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T1440161121-000

TYPE 1

H16B-SGRS-PG21

GRAY

PG21 -

T1440161125-000 H16B-SGRS-M25 M25 -

T1440161221-000 H16B-SGRS-2PG21 PG21 PG21

T1440161225-000 H16B-SGRS-2M25 M25 M25

T1440161121-100 TYPE 2 H16B-SGRS-PG21 SILVER WHITE PG21 -

T1440160000-000 TYPE 3 H16B-SGRS-T GRAY - -

ASSEMBLY PART
NUMBER

TYPE
ASSEMBLY PART
DESCRIPTION

COLOR IG1 IG2

NOTES:
1. TECHNICAL CHARACTERISTICS:
   BODY MATERIAL: DIE CAST ALUMINIUM ALLOY 
   SURFACE TREATMENT: POWDER-COATED, COLOR SEE TABLE
   DEGREE OF PROTECTION: IP65 (MATED)
 
  :
1.     :
       :    
       :     ,      
       : IP65(  )

TYPE 1: BODY + STAINLESS STEEL LOCKING

4-M3

IG2

IG1

TYPE 3: BODY + STAINLESS STEEL LOCKING
BOTTOM CUT OUT

OTHER SPEC REFER TO TYPE 1

TYPE 2: BODY + STAINLESS STEEL LOCKING
SILVER WHITE COATED 

OTHER SPEC REFER TO TYPE 1
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TYPE 4: BODY + STEEL LOCKING
 

OTHER SPEC REFER TO TYPE 1

TYPE 5: BODY+ STEEL LOCKING
FRONT/BACK 6 HOLE

OTHER SPEC REFER TO TYPE 4

TYPE 6: BODY + STEEL LOCKING
BOTTOM 1 HOLE

OTHER SPEC REFER TO TYPE 4
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T1440162121-000

TYPE 4

H16B-SGR-PG21

GRAY

PG21 - - -

T1440162125-000 H16B-SGR-M25 M25 - - -

T1440162221-000 H16B-SGR-2PG21 PG21 PG21 - -

T1440162225-000 H16B-SGR-2M25 M25 M25 - -

T1440161625-000 H16B-SGR-M25/PG16 M25 PG16 - -

T1440162521-000 H16B-SGR-M25/PG21 M25 PG21 - -

T1440162532-000 H16B-SGR-M25/M32 M25 M32 - -

T1440162609-000 TYPE 5 H16B-SGR-6PG9 - - PG9 -

T1440165125-000 TYPE 6 H16B-SGR-TM25 - - - M25
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