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NOTES:
| . TECHNICAL CHARACTERISTICS:
BODY MATERITAL: DIE CAST ALUMINIUM ALLOY
SURFACE TREATMENT: POWDER-COATED, GRAY
DEGREE OF PROTECTION: P65 (MATED)
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