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T1620103116-000 H10B-SDR-LB-PG16
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,PG16,
PLASTIC PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,PG16,      ,      

PG16 -

TYPE 1

T1620103120-000 H10B-SDR-LB-M20
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,M20,
PLASTIC PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,M20,      ,      

M20 -

T1620103121-000 H10B-SDR-LB-PG21
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,PG21,
PLASTIC PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,PG21,      ,      

PG21 -

T1620103125-000 H10B-SDR-LB-M25
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,M25,
PLASTIC PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,M25,      ,      

M25 -

T1620103216-000 H10B-SDR-LB-2PG16
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,2PG16,
PLASTIC PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,2PG16,      ,      

PG16 PG16

T1620103220-000 H10B-SDR-LB-2M20
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,2M20,
PLASTIC PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,2M20,      ,      

M20 M20

T1620103225-000 H10B-SDR-LB-2M25
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,2M25,
PLASTIC PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,2M25,      ,      

M25 M25

PART NUMBER
   

 PART DESCRIPTION
   

IG1
   1

IG2
   2

TYPE
  

NOTES:
1. TECHNICAL CHARACTERISTICS:
   BODY MATERIAL: DIE CAST ALUMINIUM ALLOY 
   SURFACE TREATMENT: POWDER-COATED, GRAY
   DEGREE OF PROTECTION: IP65 (MATED)
 
  :
1.     :
       :    
       :     ,   
       : IP65(  )

TYPE 1: H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,
PLASTIC PROTECTION COVER,POWDER COATED,GREY

  1 10B  ,    ,    ,      ,      

IG2 IG1

4X M3 THREAD
4X M3   
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T1620103416-000 H10B-SDRM-LB-PG16
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,PG16,
METAL PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,PG16,      ,      

PG16 -

TYPE 2

T1620103420-000 H10B-SDRM-LB-M20
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,M20,
METAL PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,M20,      ,      

M20 -

T1620103421-000 H10B-SDRM-LB-PG21
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,PG21,
METAL PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,PG21,      ,      

PG21 -

T1620103425-000 H10B-SDRM-LB-M25
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,M25,
METAL PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,M25,      ,      

M25 -

T1620103316-000 H10B-SDRM-LB-2PG16
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,2PG16,
METAL PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,2PG16,      ,      

PG16 PG16

T1620103320-000 H10B-SDRM-LB-2M20
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,2M20,
METAL PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,2M20,      ,      

M20 M20

T1620103325-000 H10B-SDRM-LB-2M25
H10B HOUSING,SURFACE MOUNTED,METAL SINGLE LOCKING,2M25,
METAL PROTECTION COVER,POWDER COATED,GREY
H10B  ,    ,    ,2M25,      ,      

M25 M25

PART NUMBER
   

 PART DESCRIPTION
   

IG1
   1

IG2
   2

TYPE
  

NOTES:
SEE SHEET 1
  :
  1 .

TYPE 2: H10B HOUSING,METAL PROTECTION COVER,
OTHER SPEC REFER TO TYPE 1
  2 10B  ,      ,      1

IG2 IG1
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