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TYPE 1
  1

H48B-SGRS-LB-XX - -

T1610482129-000 H48B-SGR-LB-PG29 PG29 -

T1610482132-000 H48B-SGR-LB-M32 M32 -

T1610482136-000 H48B-SGR-LB-PG36 PG36 -

T1610482140-000 H48B-SGR-LB-M40 M40 -

T1610482142-000 H48B-SGR-LB-PG42 PG42 -

T1610482150-000 H48B-SGR-LB-M50 M50 -

T1610482229-000 H48B-SGR-LB-2PG29 PG29 PG29

T1610482232-000 H48B-SGR-LB-2M32 M32 M32

T1610482236-000 H48B-SGR-LB-2PG36 PG36 PG36

T1610482240-000 H48B-SGR-LB-2M40 M40 M40

T1620480129-000

TYPE 2
  2

H48B-SDR-LB-PG29 PG29 -

T1620480132-000 H48B-SDR-LB-M32 M32 -

T1620480136-000 H48B-SDR-LB-PG36 PG36 -

T1620480140-000 H48B-SDR-LB-M40 M40 -

T1620480142-000 H48B-SDR-LB-PG42 PG42 -

T1620480150-000 H48B-SDR-LB-M50 M50 -

T1620480229-000 H48B-SDR-LB-2PG29 PG29 PG29

T1620480232-000 H48B-SDR-LB-2M32 M32 M32

T1620480236-000 H48B-SDR-LB-2PG36 PG36 PG36

T1620480240-000 H48B-SDR-LB-2M40 M40 M40

T1620482250-000 H48B-SDR-LB-2M50 M50 M50

PART NUMBER
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IG1
   1

IG2
   2

NOTES:
1. TECHNICAL CHARACTERISTICS:
   BODY MATERIAL: DIE CAST ALUMINIUM ALLOY 
   SURFACE TREATMENT: POWDER-COATED, GRAY
   OPERATION TEMPERATURE: -40-+125�$�C
   DEGREE OF PROTECTION: IP65 (MATED)
 
  :
1.     :
       :    
       :     ,   
       : -40-+125�$�C
       : IP65(  )

8-M3

TYPE 1: H48 HOUSING, SURFACE MOUNTED, STAINLESS STEEL SINGLE LOCKING
 

  1: H48B       (     )

IG1

IG2

TYPE 2: H48 HOUSING, SURFACE MOUNTED, STAINLESS STEEL SINGLE LOCKING
WITH PLASTIC PROTECTION COVER, OTHER SPEC REFER TO TYPE 1

 
  2: H48B       (     ,       )

        1
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