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NOTES
| TECHNICAL CHARACTERISTICS:
) HOOD MATERIAL: DIE CAST ALUMINIUM ALLOY
SURFACE TREATMENT: SEE TABLE
DEGREE OF PROTECTION: IP68 (MATED)
R Es
ks
REMH . BhA
KELAE . JUEE
pEs: P68 (BS)
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E
3 124BPR HOOD, CENTER LOCKING, TWO SIDE ENTRY M32/M40,
E T1912243240-001 | JUJE COATED, DEER ORLY H24BPR-TSHC-M32/M40  |POWDER COATED,DEEP GREY,NO LOGO M40 : M32 -] -
- A*’ H2ABPRL& , gtz EMAEM32 /M40, Bxemisi £ OGO
124BPR HOOD, CENTER LOCKING, TOP ENTRY M32SIDE ENTRY M40,
T1902243240-001 |oJMJER LOATED, DEER GRET H24BPR-TG/SHC-M32/M40 | POWDER COATED,DEEP GREY,NO LOGO M40 M32 . . e
S H2ABPRL# ®&8z WEM3I2MEMA0  RAeMiER £ 0G0 ~
H24BPR HOOD, CENTER LOCKING, TOP ENTRY M40SIDE ENTRY M25,
T1902244025-001 | WJER COATED, DEER GRET H24BPR-TG/SHC-M40/M25 |POWDER COATED,DEEP GREY,NO LOGO M5 M40 : -] -
e H2 4BPRE% , w404, WM A OMEM2 5, RREHAHE , £L OGO
H24BPR _HOOD,CENTER LOCKING,SIDE/TOP ENTRY 2M32, POWDER COATED,
; T1902242232-001 |FOUIES COATED, DEEF GREY H24BPR-TS/GHC - 2M32 DEEP GREY,NO LOGO M32 M32 — - -
**’ H2 4BPRE&, ®#ate M/ T 2M 32 Fxessms £ 0G0 TYPE 4
124BPR_HOOD, CENTER LOCKING,SIDE/TOP ENTRY 2M40, POWDER COATED, 224
T1902242240-001 |POWIER COATED, DEER GRET H2 4BPR-TS/GHC - 2M40 DEEP GREY. NO LOGO M40 M40 : : :
e H2 ABPRE%, otz M/ WU2MAO  REEHE SR £L OGO
124BPR HOOD, CENTER LOCKING,SIDE/TOP ENTRY 2M32, POWDER COATED,
T1902241232-100 | OWIEX COATED, STLVER WHITE ) yougpr-Ts/6HC-2M32 STLVER WHITE CONDUCT IVE, THREAD HOLE WITH STEP M32 M32 — 34 | 34
S H2ABPRES ot M/ WH2M32  RAGHARE FHH B5I%6H
124BPR _HOOD, CENTER LOCKING,SIDE/TOP ENTRY 2M32, POWDER COATED,
T1902240232-100 |,OWOER COATED, BLACK H24BPR-TS/GHC - 2M32 BLACK, CONDUCTIVE, THREAD HOLE WITH STEP M32 M32 — 34 | 34
S H24BPRL& iz @/ Mk 2M32 , BemArh B REAE 6H TYPE 3
124BPR HOOD, CENTER LOCKING,SIDE/TOP ENTRY 2PG29, POWDER COATED, 223
T1902241229-100 | WOES COATED, STLVER WHITE ) youppR-TS/GHC-2P629 | SILVER WHITE,CONDUCTIVE, THREAD HOLE WITH STEP PG29 PG29 — 39.5/39.5
o H2ABPRL#  oadt M/ TE2PG2O RABHIES  Bal BAAL AN
124BPR _HOOD, CENTER LOCKING,SIDE/TOP ENTRY 2PG29, POWDER COATED,
T1902240229-100 |- SWOEX COATED, BLACK H24BPR-TS/GHC-2PG29  |BLACK,CONDUCTIVE, THREAD HOLE WITH STEP PG29 PG29 — 39.5/39.5
R, H2ABPRLE  ##diz M/ T42PG29, REmARA Bk BEAE GH
U POWDER COATED BLACK | oo N VPR . . 7 _ | lrver o
o0 cca0zca0U-TUU f{@”ﬁ‘ff})@ AZ24DTr R - 1To7000 - 2cMAau Ac4Dr R - TO70RAC T ZMAU 4D R AN L c M4 U "B TR V4T vV 4U KA D
124BPR HOOD, CENTER LOCKING,SIDE/TOP ENTRY 2M40, POWDER COATED,
— T1902242240-000 |-OWDER COATED, GRET H24BPR-TS/GHC - 2M40 GREY M40 M40 — - -
o H2 ABPR L&, paste @l / M 2MA D | Keminn
124BPR HOOD, CENTER LOCKING,SIDE/TOP ENTRY 2M40, POWDER COATED,
T1902240240-000 | OWIEX COATED, BLACK H24BPR-TS/GHC-2M40 BLACK M40 M40 — - -
T H2 ABPRER , vabstz M/ WE2MAQ  Betkak
124BPR HOOD, CENTER LOCKING, TOP ENTRY M40SIDE ENTRY M25,
T1902244025-000 |LOWDES COATED, STLVER WHITE 1o 48pR-T6/SHC-M40/M25 | POWDER COATED,SILVER WHITE M2 5 M4 — - -
o H2 4BPRE%, #iaiz, BEM40RMEM2 5, REEHFAR
H24BPR HOOD, CENTER LOCKING, TOP ENTRY M40SIDE ENTRY M20,
T1902244020-000 | WOE COATED, S TLVER WHITE 1o 4pR-T6/SHC-M40/M20 | POWDER COATED, SILVER WHITE M2 0 M4 — - -
o H2 ABPRES , $#40E , REMAOMEM2 0 , RaEHFHE
H24BPR HOOD, CENTER LOCKING, TOP ENTRY M32SIDE ENTRY M40 HOOD,
T1902243240-000 |ooWOEX COATED, S ILVERWHITE 1o 4pR-T6/SHC-M32 /M40 |POWDER COATED, SILVER WHITE M40 M32 — - -
o H2 ABPRER | ##biz , MM 2WEM4 0 5% | REEHFER Tvpr |
124BPR HOOD, CENTER LOCKING, TOP ENTRY M25SIDE ENTRY M40 HOOD, =1
T1902242540-000 |POWIEX COATED, S TLVER WHITE Tyo4ppR-T6/SHC-M25 /M40 | POWDER COATED, SILVER WHITE M40 M2 5 — - -
o H2 ABPREA, s, TAM2 SMEMA 0%, REENFRR
H24BPR HOOD, CENTER LOCKING, TOP ENTRY M20SIDE ENTRY M40 HOOD,
T1902242040-000 |POWIEX COATED, S TLVERWHITE 1yo4mpR-T6/SHC-M20 /M40 | POWDER COATED, SILVER WHITE M40 M2 0 — - -
o H2ABPREA, s, WAM2 OMEM A 015% , REENFAR
5 124BPR HOOD, CENTER LOCKING,SIDE/TOP ENTRY 2M40, POWDER COATED,
T1902241240-000 | OWIEX COATED, S TLVER WHITE ) yougpr-Ts/6HC - 2M40 SILVER WHITE M40 M40 — - -
T H2 ABPRE% , vabsiz M/ e 2MAO Bathiak
124BPR HOOD, CENTER LOCKING,SIDE/TOP ENTRY 2M32, POWDER COATED,
T1902241232-000 |,OWDES COATED, STLVER WHITE o 4ppR-Ts/6HC - 2M32 STLVER WHITE M32 M32 — - -
T H2 ABPRE® , wabsiz M/ e 2M32  Baehiss
H24BPR HOOD, CENTER LOCKING,SIDE/TOP ENTRY 2PG29, POWDER COATED,
T1902241229-000 | WIES COATED, STLVER WHITE ) yougpr-Ts/GHC-2P629 | SILVER WHITE PG29 PG29 — - -
o HZ ABPRE®, 4t 81/ W4 2PG2 9, REEHFHR
PART NUMBER SURFACE PART DESCRIPT ION PG/M THREAD- | |PG/M THREAD-2|PG/M THREAD-3| oo | oy | TTPE
e FEAT fk PG /M 25 | PG /M 5~ 2 PG/M #5-3 25
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