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TYPE 1: H6B EMC HOOD,SIDE ENTRY,
        PLASTIC SINGLE LOCKING,HIGH CONSTRUCTION
        H6B    ,  ,    ,   

NOTES:
1. TECHNICAL CHARACTERISTICS:
   HOOD MATERIAL: DIE CAST ALUMINIUM ALLOY
   HOOD SURFACE: CONDUCTIVE PAINTING
   HOOD SURFACE COLOR: TRANSPARENCY
   HOOD RESISTANCE:  10 m�^�
   DEGREE OF PROTECTION: IP65 (MATED)
 
  :
1.     :
       :    
         :     
           :   
       :  10 m�^�
       : IP65(  )

PG/M THREAD-1
PG/M    -1

4X M3 THREAD
4X M3    

HOOD PG/M THREAD-2
PG/M    -2

4X M3 THREAD
4X M3    

HOOD
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T1B40065132-000 H6B-TGBH-SL-EMC-M32
H6B EMC HOOD,TOP ENTRY M32,PLASTIC SINGLE LOCKING,HIGH CONSTRUCTION
H6B    ,  M32,    ,   

- M32

TYPE 2
  2

T1B40065125-000 H6B-TGBH-SL-EMC-M25
H6B EMC HOOD,TOP ENTRY M25,PLASTIC SINGLE LOCKING,HIGH CONSTRUCTION
H6B    ,  M25,    ,   

- M25

T1B40065120-000 H6B-TGBH-SL-EMC-M20
H6B EMC HOOD,TOP ENTRY M20,PLASTIC SINGLE LOCKING,HIGH CONSTRUCTION
H6B    ,  M20,    ,   

- M20

T1B30065132-000 H6B-TSBH-SL-EMC-M32
H6B EMC HOOD,SIDE ENTRY M32,PLASTIC SINGLE LOCKING,HIGH CONSTRUCTION
H6B    ,  M32,    ,   

M32 -

TYPE 1
  1

T1B30065125-000 H6B-TSBH-SL-EMC-M25
H6B EMC HOOD,SIDE ENTRY M25,PLASTIC SINGLE LOCKING,HIGH CONSTRUCTION
H6B    ,  M25,    ,   

M25 -

T1B30065120-000 H6B-TSBH-SL-EMC-M20
H6B EMC HOOD, SIDE  ENTRY M20,PLASTIC SINGLE LOCKING,HIGH CONSTRUCTION
H6B    ,   M20 ,    ,   

M20 -

PART NUMBER
   

PART DESCRIPTION
   

PG/M THREAD-1
PG/M    -1

PG/M THREAD-2
PG/M    -2

TYPE
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