4

THIS DRAWING 1S UNPUBLISHED.

RELEASED FOR PUBLICATION

20

REVISTONS
P LTR DESCRIPTION DATE DWN APVD
A INITITAL RELEASE 16DEC2014 | HMR | CW
B ECR-15-013292 16SEP2015 | DL CW
B ECR-16-015492 04NOV2016 | QY | CW
C ECR-21-105750 02JuL2021 | BS CW
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NOTES:

. TECHNICAL CHARACTERISTICS:
INSULATION MATERITAL: PBT
RATED VOLTAGE: 250 V
RATED CURRENT: 10 A

INSULATION RESISTANCE: >=400M()
RATED [IMPULSE VOLTAGE: 4 KV
POLLUTION DEGREE: 3

FLAMMABIL ITY: UL94V-0

MATING CYCLES: 500 CYLCES

WIRE RANGE: 0. 14-2.5 mm2 (26-14 AWG)
CONTACT TYPE: CRIMP CONTACT
2. CONTACT NEED TO BE ORDERED SEPARATELY.
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REVISIONS

P LTR DESCRIPTION DATE DWN APVD

SEE SHEET |
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TYPE-2,T2020072201-001,STAINLESS STEEL SCREW,NO LOGO
#8M-2,72020072201-001, *pmgz , £ OGO

B
HD-007 FEMALE INSERT,STAINLESS STEEL SCREW,NO LOGO |TYPE-?2
12020072200-0001 AD-007T-F 15 007 &4, remez 2L 06O %8 - D
] ] _ |HD-007 FEMALE INSERT TYPE - |
T2020072201-000] HD-00T-F | 07 007 e x|
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