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[QED | TECHNICAL CHARACTERISTICS:
rc INSULATION MATERIAL: PC
O » “ o RATED VOLTAGE: 400V
RATED CURRENT: 16A
INSULATION RESISTANCE: >=400MQ)
RATED IMPULSE VOLTAGE: 6KV
M4 SCREW, RECOMMENDED POLLUTION DEGREE: 3
TIGHTENING TORQUE |.2N.m FLAMMABIL T TY: UL94V-0
M4 e REREAE] 2N.m MATING CYCLES: 500 CYCLES
| | WIRE RANGE: 0. 14mm2~4mm2 (AWG26-AWG?2)
| i | CONTACT TYPE: CRIMP CONTACT
‘ | 2. CONTACTS NEED TO BE ORDERED SEPARATELY.
é ~ (ORDER No. REFER TO DRAWING:T20300X10XX000)
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