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T3513100001-000 WY-PA6-V0-AD10.0B
PLASTIC FLEXIBLE TUBE AD10.0,BLACK
    AD10.0(  )

6.5X10.0 15 35

T3513130001-000 WY-PA6-V0-AD13.0B
PLASTIC FLEXIBLE TUBE AD13.0,BLACK
    AD13.0(  )

9.5X13.0 20 45

T3513160001-000 WY-PA6-V0-AD15.8B
PLASTIC FLEXIBLE TUBE AD15.8,BLACK
    AD15.8(  )

12.0X15.8 25 55

T3513190001-000 WY-PA6-V0-AD18.5B
PLASTIC FLEXIBLE TUBE AD18.5,BLACK
    AD18.5(  )

14.3X18.5 35 65

T3513210001-000 WY-PA6-V0-AD21.2B
PLASTIC FLEXIBLE TUBE AD21.2,BLACK
    AD21.2(  )

17.0X21.2 40 75

T3513290001-000 WY-PA6-V0-AD28.5B
PLASTIC FLEXIBLE TUBE AD28.5,BLACK
    AD28.5(  )

23.0X28.5 45 100

T3513350001-000 WY-PA6-V0-AD34.5B
PLASTIC FLEXIBLE TUBE AD34.5,BLACK
    AD34.5(  )

29.0X34.5 55 120

T3513430001-000 WY-PA6-V0-AD42.5B
PLASTIC FLEXIBLE TUBE AD42.5,BLACK
    AD42.5(  )

36.0X42.5 65 150

T3513550001-000 WY-PA6-V0-AD54.5B
PLASTIC FLEXIBLE TUBE AD54.5,BLACK
    AD54.5(  )

48.0X54.5 80 190

T3513100101-000 WY-PA6-V0-AD10.0G
PLASTIC FLEXIBLE TUBE AD10.0,GREY
    AD10.0(  )

6.5X10.0 15 35

T3513130101-000 WY-PA6-V0-AD13.0G
PLASTIC FLEXIBLE TUBE AD13.0,GREY
    AD13.0(  )

9.5X13.0 20 45

T3513160101-000 WY-PA6-V0-AD15.8G
PLASTIC FLEXIBLE TUBE AD15.8,GREY
    AD15.8(  )

12.0X15.8 25 55

T3513190101-000 WY-PA6-V0-AD18.5G
PLASTIC FLEXIBLE TUBE AD18.5,GREY
    AD18.5(  )

14.3X18.5 35 65

T3513210101-000 WY-PA6-V0-AD21.2G
PLASTIC FLEXIBLE TUBE AD21.2,GREY
    AD21.2(  )

17.0X21.2 40 75

T3513290101-000 WY-PA6-V0-AD28.5G
PLASTIC FLEXIBLE TUBE AD28.5,GREY
    AD28.5(  )

23.0X28.5 45 100

T3513350101-000 WY-PA6-V0-AD34.5G
PLASTIC FLEXIBLE TUBE AD34.5,GREY
    AD34.5(  )

29.0X34.5 55 120

T3513430101-000 WY-PA6-V0-AD42.5G
PLASTIC FLEXIBLE TUBE AD42.5,GREY
    AD42.5(  ) 

36.0X42.5 65 150

T3513550101-000 WY-PA6-V0-AD54.5G
PLASTIC FLEXIBLE TUBE AD54.5,GREY
    AD54.5(  )

48.0X54.5 80 190

PART NUMBER
   

PART DESCRIPTION
     (MM)X  (MM)

STAT.R(MM)
      (MM)

DYN.R(MM)
      (MM)

NOTE:
1.TECHNICAL CHARACTERISTICS:
   MATERIAL:POLYAMIDE
   COLOUR:SEE TABLE
   FLAMMABILITY:V0(UL94)
   PROTECTION DEGREE:IP68(MATED)
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