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T3511091301-000 WQG1-P09B/AD13.0-O
PLASTIC FLEXIBLE TUBE FITTINGS PG9 (AD13.0),BLACK
       PG9  (AD13.0),  

PG9 AD13.0 12 20 18 37

T3511111601-000 WQG1-P11B/AD15.8-O
PLASTIC FLEXIBLE TUBE FITTINGS PG11 (AD15.8),BLACK
       PG11 (AD15.8),   

PG11 AD15.8 12 23 21 39.5

T3511131901-000 WQG1-P13.5B/AD18.5-O
PLASTIC FLEXIBLE TUBE FITTINGS PG13.5 (AD18.5),BLACK
       PG13.5 (AD18.5),   

PG13.5 AD18.5 13 26 24 42

T3511162101-000 WQG1-P16B/AD21.2-O
PLASTIC FLEXIBLE TUBE FITTINGS PG16 (AD21.2),BLACK
       PG16 (AD21.2),   

PG16 AD21.2 13 29.5 27 45

T3511212801-000 WQG1-P21B/AD28.5-O
PLASTIC FLEXIBLE TUBE FITTINGS PG21 (AD28.5),BLACK
       PG21 (AD28.5),   

PG21 AD28.5 13 37 34 47

T3511293501-000 WQG1-P29B/AD34.5-O
PLASTIC FLEXIBLE TUBE FITTINGS PG29 (AD34.5),BLACK
       PG29 (AD34.5),   

PG29 AD34.5 15 44 40 51

T3511364301-000 WQG1-P36B/AD42.5-O
PLASTIC FLEXIBLE TUBE FITTINGS PG36 (AD42.5),BLACK
       PG36 (AD42.5),   

PG36 AD42.5 15 52 50 54

T3511485501-000 WQG1-P48B/AD54.5-O
PLASTIC FLEXIBLE TUBE FITTINGS PG48 (AD54.5),BLACK
       PG48 (AD54.5),   

PG348 AD54.5 16  64  60  55 

T3511161302-000 WQG1-M16B/AD13.0-O
PLASTIC FLEXIBLE TUBE FITTINGS M16 (AD13.0),BLACK
       M16  (AD13.0),   

M16X1.5 AD13.0 12 20 18 37

T3511161602-000 WQG1-M16B/AD15.8-O
PLASTIC FLEXIBLE TUBE FITTINGS M16 (AD15.8),BLACK
       M16  (AD15.8),   

M16X1.5 AD15.8 12 23 21 39.5

T3511201902-000 WQG1-M20B/AD18.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M20 (AD18.5),BLACK
       M20  (AD18.5),   

M20X1.5 AD18.5 13 26 24 42

T3511202102-000 WQG1-M20B/AD21.2-O
PLASTIC FLEXIBLE TUBE FITTINGS M20 (AD21.2),BLACK
       M20  (AD21.2),   

M20X1.5 AD21.2 13 29.5 27 45

T3511252102-000 WQG1-M25B/AD21.2-O
PLASTIC FLEXIBLE TUBE FITTINGS M25 (AD21.2),BLACK
       M25  (AD21.2),   

M25X1.5 AD21.2 13 29.5 27 45

T3511252802-000 WQG1-M25B/AD28.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M25 (AD28.5),BLACK
       M25  (AD28.5),   

M25X1.5 AD28.5 13 37 34 47

T3511322802-000 WQG1-M32B/AD28.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M32 (AD28.5),BLACK
       M32  (AD28.5),   

M32X1.5 AD28.5 13 37 34 47

T3511323202-000 WQG1-M32B/AD31.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M32 (AD31.5),BLACK
       M32  (AD31.5),   

M32X1.5 AD31.5 15 41 37 51

T3511323502-000 WQG1-M32B/AD34.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M32 (AD34.5),BLACK
       M32  (AD34.5),   

M32X1.5 AD34.5 15 44 40 51

T3511403502-000 WQG1-M40B/AD34.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M40 (AD34.5),BLACK
       M40  (AD34.5),   

M40X1.5 AD34.5 15 44 40 51

T3511404302-000 WQG1-M40B/AD42.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M40 (AD42.5),BLACK
       M40  (AD42.5),  

M40X1.5 AD42.5 15 52 50 54

T3511504302-000 WQG1-M50B/AD42.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M50 (AD42.5),BLACK
       M50  (AD42.5),   

M50X1.5 AD42.5 15 52 50 54

T3511505502-000 WQG1-M50B/AD54.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M50 (AD54.5),BLACK
       M50  (AD54.5),   

M50X1.5 AD54.5 16 64 60 55

T3511635502-000 WQG1-M63B/AD54.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M63 (AD54.5),BLACK
       M63  (AD54.5),   

M63X1.5 AD54.5 16 64 60 55

T3531091301-000 WQG1-P09G/AD13.0-O
PLASTIC FLEXIBLE TUBE FITTINGS PG9 (AD13.0),GREY
       PG9  (AD13.0),   

PG09 AD13.0 12 20 18 37

T3531111601-000 WQG1-P11G/AD15.8-O
PLASTIC FLEXIBLE TUBE FITTINGS PG11 (AD15.8) ,GREY
       PG11 (AD15.8),   

PG11 AD15.8 12 23 21 39.5

T3531131901-000 WQG1-P13.5G/AD18.5-O
PLASTIC FLEXIBLE TUBE FITTINGS PG13.5 (AD18.5) ,GREY
       PG13.5 (AD18.5),   

PG13 AD18.5 13 26 24 42

T3531162101-000 WQG1-P16G/AD21.2-O
PLASTIC FLEXIBLE TUBE FITTINGS PG16 (AD21.2) ,GREY
       PG16 (AD21.2),   

PG16 AD21.2 13 29.5 27 45

T3531212801-000 WQG1-P21G/AD28.5-O
PLASTIC FLEXIBLE TUBE FITTINGS PG21 (AD28.5) ,GREY
       PG21 (AD28.5),   

PG21 AD28.5 13 37 34 47

T3531293501-000 WQG1-P29G/AD34.5-O
PLASTIC FLEXIBLE TUBE FITTINGS PG29 (AD34.5) ,GREY
       PG29 (AD34.5),   

PG29 AD34.5 15 44 40 51

T3531364301-000 WQG1-P36G/AD42.5-O
PLASTIC FLEXIBLE TUBE FITTINGS PG36 (AD42.5) ,GREY
       PG36 (AD42.5),   

PG36 AD42.5 15 52 50 54

T3531485501-000 WQG1-P48G/AD54.5-O
PLASTIC FLEXIBLE TUBE FITTINGS PG48 (AD54.5) ,GREY
       PG48 (AD54.5),   

PG48  AD54.5  16  64  60  55 

T3531161302-000 WQG1-M16G/AD13.0-O
PLASTIC FLEXIBLE TUBE FITTINGS M16 (AD13.0) ,GREY
       M16 (AD13.0),   

M16X1.5 AD13.0 12 20 18 37

T3531161602-000 WQG1-M16G/AD15.8-O
PLASTIC FLEXIBLE TUBE FITTINGS M16 (AD15.8) ,GREY
       M16 (AD15.8),   

M16X1.5 AD15.8 12 23 21 39.5

T3531201902-000 WQG1-M20G/AD18.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M20 (AD18.5) ,GREY
       M20 (AD18.5),   

M20X1.5 AD18.5 13 26 24 42

T3531202102-000 WQG1-M20G/AD21.2-O
PLASTIC FLEXIBLE TUBE FITTINGS M20 (AD21.2) ,GREY
       M20 (AD21.2),   

M20X1.5 AD21.2 13 29.5 27 45

T3531252102-000 WQG1-M25G/AD21.2-O
PLASTIC FLEXIBLE TUBE FITTINGS M25 (AD21.2) ,GREY
       M25 (AD21.2),   

M25X1.5 AD21.2 13 29.5 27 45

T3531252802-000 WQG1-M25G/AD28.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M25 (AD28.5) ,GREY
       M25 (AD28.5),   

M25X1.5 AD28.5 13 37 34 47

T3531322802-000 WQG1-M32G/AD28.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M32 (AD28.5) ,GREY
       M32 (AD28.5),   

M32X1.5 AD28.5 13 37 34 47

T3531323202-000 WQG1-M32G/AD31.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M32 (AD31.5) ,GREY
       M32 (AD31.5),   

M32X1.5 AD31.5 15 41 37 51

T3531323502-000 WQG1-M32G/AD34.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M32 (AD34.5) ,GREY
       M32 (AD34.5),   

M32X1.5 AD34.5 15 44 40 51

T3531403502-000 WQG1-M40G/AD34.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M40 (AD34.5) ,GREY
       M40 (AD34.5),   

M40X1.5 AD34.5 15 44 40 51

T3531404302-000 WQG1-M40G/AD42.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M40 (AD42.5) ,GREY
       M40 (AD42.5),   

M40X1.5 AD42.5 15 52 50 54

T3531504302-000 WQG1-M50G/AD42.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M50 (AD42.5) ,GREY
       M50 (AD42.5),   

M50X1.5 AD42.5 15 52 50 54

T3531505502-000 WQG1-M50G/AD54.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M50 (AD54.5) ,GREY
       M50 (AD54.5),   

M50X1.5 AD54.5 16 64 60 55

T3531635502-000 WQG1-M63G/AD54.5-O
PLASTIC FLEXIBLE TUBE FITTINGS M63 (AD54.5) ,GREY
       M63 (AD54.5),   

M63X1.5 AD54.5 16 64 60 55
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NOTE:
1.TECHNICAL CHARACTERISTICS:
   LOCK MATERIAL : Polyamide
   BODY MATERIAL : Polyamide
   SEAL MATERIAL : RUBBER
   CLAMPING RANGE : SEE TABLE
   TEMPERATURE RANGE : -40~+115�$�C
   PROTECTION DEGREE : IP66(MATED)
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