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TECHNICAL DATA T40521X4003-00X T40521X4004-00X

RATED VOLTAGE 60V 30V

RATED CURRENT 3A

POLLETION DEGREE 3

OVERVOLTAGE
 CATEGORY

II

MATERIAL GROUP II

DEGREE OF 
PROTECTION

IP67

T40521X4003-00X T40521X4004-00X

VIEW A

VIEW B

WIRES: 0.25mm
2

(24AWG)

-001: 0.5m
-002: 1.0m
-003: 1.5m
-004: 3.0m
-005: 5.0m
-006: 7.0m
-007: 10.0m

 FIXED:
-25�$�C~80�$�C

FLXIBLE:
-10�$�C~80�$�C

 GRAY
PUR
(UL)

RPC-M8-4MS-**-M8-4FR-PUR 4 T4052124004-00X

RPC-M8-3MS-**-M8-3FR-PUR 3 T4052124003-00X

FIXED:
-10�$�C~80�$�C

FLXIBLE:
-5�$�C~80�$�C

 BLACK
PVC
(UL)

RPC-M8-4MS-**-M8-4FR-PVC 4 T4052114004-00X

RPC-M8-3MS-**-M8-3FR-PVC 3 T4052114003-00X

CABLE
CHARACTERISTIC

LENGTH "L" RECOMMEND OPERATION
TEMPERATURE FOR CABLE

JACKET
COLOR

JACKET 
MATERIAL

TYPE POS . PART NUMBER

TE LABLE 10

CABLE 9

COPPER ALLOY NUT 8

RUBBER O-RING 7

 PA66 HOUSING 6

COPPER ALLOY CONTACT 5

POLYURETHANE OVER-MOLDING 4

- COPPER ALLOY COUPLING NUT 3

BALCK COLOR PA66 HOUSING 2

GOLD FLASH COPPER ALLOY CONTACT 1

COMMENTS MATERIAL DESCRIPITON ITEM

NOTES:
 
1. TECHNICAL DATA: SEE TABLE 1
 
 . RECOMMEND TORQUE 0.4Nm
 
 . TE LABLE AREA.
 
 . -**: CABLE LENGHT.-0.5:0.5m, -1.0:1.0m, -1.5:1.5m...
 
 . INSERT MARK FOR MATING.
 
6. ALL PRODUCT MUST COMPLIANCE WITH ROHS AND REACH.

    :
1.     :  1
 
 .     0.4Nm;
 
 . TE     ;
 
 . -**  :-0.5:0.5m,-1.0:1.0m,-1.5:1.5m
 
 .       ;
 
6.       ROHS REACH.
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PIN1 BROWN PIN3 BLUE

PIN4 BLACK

PIN1 BROWN PIN3 BLUE

PIN2 WHITE PIN4 BLACK

PIN3 BLUE
PIN1 BROWN

PIN4 BLACK

PIN3 BLUE PIN1 BROWN

PIN4 BLACK PIN2 WHITE
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