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TABLE 1
TECHNICAL DATA
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RATED VOLTAGE 60V 30V
RATED CURRENT 3A

POLLUTION DEGREE 3

OVERVOLTAGE
 CATEGORY

II

MATERIAL GROUP II

DEGREE OF 
PROTECTION

IP67

TABLE 2

WIRES: 0.25mm
2

(24AWG)
WIRE COLOR:1-BROWN,2-WHITE,

         3-BLUE,4-BLACK

STANDARD:
-001: 0.5m
-002: 1.0m
-003: 1.5m
-004: 3.0m
-005: 5.0m
-006: 7.0m
-007: 10.0m
 
 
CUSTOMIZATION:
-99X:<1.0M
-XXX:>1.0M
-AAX:99.XM
 
TOLERANCE:
0m TO 1m: �#�0.05m
1m TO 3m: �#�0.1m
>3m:      �#�1.5%

 FIXED:
-40�$�C~80�$�C

FLXIBLE:
-25�$�C~80�$�C

 GRAY
PUR
(UL)

RPC-M8-4MS-**-M12-4FR-PUR 4 T4052128004-00X 

RPC-M8-4MS-**-M12-4FS-PUR 4 T4052127004-00X

WIRES: 0.25mm
2

(24AWG)
WIRE COLOR:1-BROWN,3-BLUE,
           4-BLACK

RPC-M8-3MS-**-M12-3FR-PUR 3 T4052128003-00X

RPC-M8-3MS-**-M12-3FS-PUR 3 T4052127003-00X 

WIRES: 0.25mm
2

(24AWG)
WIRE COLOR:1-BROWN,2-WHITE,
           3-BLUE,4-BLACK FIXED:

-10�$�C~80�$�C
FLXIBLE:

-5�$�C~80�$�C

 BLACK
PVC
(UL)

RPC-M8-4MS-**-M12-4FR-PVC 4 T4052118004-00X 

RPC-M8-4MS-**-M12-4FS-PVC 4 T4052117004-00X

WIRES: 0.25mm
2

(24AWG)
WIRE COLOR:1-BROWN,3-BLUE,
           4-BLACK

RPC-M8-3MS-**-M12-3FR-PVC 3 T4052118003-00X

RPC-M8-3MS-**-M12-3FS-PVC 3 T4052117003-00X

CABLE
CHARACTERISTIC

LENGTH "L" CABLE TEMP. RANGE JACKET
COLOR

JACKET 
MATERIAL

TYPE POS . PART NUMBER

BLACK PA66 END CAP 12

BLUE TPU M12 OVER-MOLDING 11

GOLD FLASH COPPER ALLOY FEMALE CONTACT 10

GRAY SILICONE O-RING 9

NICKEL PLATED COPPER ALLOY M12, FEMALE NUT 8

BLACK PA66 M12, FEMALE HSG, A CODE, 5PINS 7

- - CABLE 6

- - TE LABLE 5

BLUE  TPU M8 OVERMOLDING 4

GOLD FLASH COPPER ALLOY M8 MALE CONTACT 3

NICKEL PLATED COPPER ALLOY M8 MALE NUT 2

BALCK COLOR PA66 M8 MALE HOUSING 1

COMMENTS
  
 

MATERIAL
  

DESCRIPTION
  

ITEM
NO
  

NOTES:

 1. TECHNICAL DATA: SEE TABLE 1

 CODE POSITION  INDICATOR

RECOMMEND TORQUE 0.4Nm

RECOMMEND TORQUE 0.6Nm  

 TE LABLE AREA.INCLUDING PN,DATE CODE...

 -00X: FOR CABLE LENGHT,SEE TABLE 2 AND REFFER TO LENGTH "L"

 -**:CABLE LENGTH,-0.5:0.5M;-1.0:1.0M;-1.5:1.5M

 8. CABLE ASSEMBLY TO BE PACKAGED IN POLYBAGS;

    :
  1.     :  1

. CODE     ;

.     0.4 Nm ;

.     0.6 Nm;

. TE     ,      ,       ;

. -00X:     2,    "L"

 -**:   ,-0.5:0.5M;-1.0:1.0M;-1.5:1.5M
  8.          ;

2

3

4

5

6

7

2

3

4

5

6

7
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