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RATED VOLTAGE 250V 250V 250V 60V
RATED CURRENT AN AN AN AN
POLLUTION DEGREE 3 3 3 3
OVERVOLTAGE CATEGORY 1] 1] i i
MATERIAL GROUP 1] 1] 11 11
CONTACT RESISTANCE <1 0mQ) <1 0mQ) <1 0mQ) <10mQ)
INSULATION RESISTANCE | >100MQ) | >100MCY | >100MO) | >100MO)
DEGREE OF PROTECTION P67 P67 P67 P67 |
OPERATION TEMPERATURE | -40~85°C|-40~85°C| -40~85"C|-40~85°C TOTﬁATER\AL-
ITEM NO. I :NUT ~7INC DIE-CAST NICKEL PLATED
ITEM NO.2:HOUSING “PA
ITEM NO.3:CONTACT “BRASS
ITEM NO.4: HOUSING BODY: -ZINC DIE-CAST,.NICKEL PLATED
2. CONTACT FINISH:
GOLD OVER NICKEL OR SILVER OVER NICKEL
PIN ARRANGEMENT 3. CABLE WIRES:
B-CODE PAAWG /O . 25mm2. .. I8AWG/0 . 75mm2 (WITHOUT FERRULE)
- - - 26AWG /0. 14mm2. . . 20AWG/0.50mm2 (WITH FERRULE)
LATTTATAD2X-000 LATTTATAD X000 LATTTATADAx-000 4. ALLDIMENSIONS ARE FOR NOMINAL REFERENCE ONLY UNLESS OTHERWISE STATED
5. PACKAGEING: IPIECE IN A BAG
6. PN INFORMAT ION
PIN
T4 141XXXX-000
CONTACT FINISH:
|- GOLD OVER NICKEL
2. SILVER OVER NICKEL
NUMBERS OF PINS:
2051-000 |RPC-M12B-MS-5CON-PG9-SHU 02: 2 PINS
1051-000 |RPC-M12B-MS-5CON-PGT-SHU 83} EP;TES
2052-000 |RPC-M12B-MS-5CON-PGY-SH 05. 5PINS
1052-000 |RPC-MI12B-MS-5CON-PGT-SH 08: 8 PINS
2041-000 |RPC-M12B-MS-4CON-PG9-SHU CanlE OUTIET
1041-000 RPC-M12B-MS-4CON-PGT7-SHU |- PGT(CABLE FEED: 4-6mm)
2042-000 |RPC-M12B-MS-4CON-PG9-SH 2. PGY(CABLE FEED: 6-8mm)
1042-000 |RPC-MI12B-MS-4CON-PGT-SH
c031-000 RPC-MI12B-MS-3CON-PG9-SHU THIS DRAWING IS A CONTROLLED DOCUMENT. DWE?LAZE PENWGSAUGZOW
1031-000 |RPC-M12B-MS-3CON-PGT-SHU = ST -="TE TE Comnectivity
20372-000 RPC-M12B-MS-3CON-PG9-SH DIMENSIONS : T QLERANCES UNLESS APKv[?bb ZMZOZLAUGZOW —
1032-000 |RPC-MI12B-MS-3CON-PGT-SH nm L tiang MT12 MALE, STRAIGHT
2021-000 |RPC-MI12B-MS-2CON-PG9-SHU TR 05106140 SHIELDED CONNECTOR
1021-000 |RPC-MI2B-MS-2CON-PGT-SHU %ﬁ%{:::}iﬁi 10 AFPLICATION SPeC 5 CODE, SCREW TERMINAL
20227000 RPC—MWgB—MS—zCON—PGg—SH ANZtE +- . 1147137144 SIZE CAGE CODE | DRAWING NO RESTRICTED TO
MATERTAL FINISH
1022-000 |RPC-M12B-MS-2CON-PG7-SH ) ) e - A2l - (C=Tat1141XxX%000 -
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