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RATED VOLTAGE 30V 30V

RATED CURRENT 2A 1.5A

POLLUTION DEGREE 3 3

OVERVOLTAGE CATEGORY II II

MATERIAL GROUP II II

DEGREE OF PROTECTION IP67 IP67

OPERATION TEMPERATURE -40~85�$�C -40~85�$�C

- EPOXY RESIN POTTING ADHESIVE 7

- - CABLE 6

GOLD PLATED COPPER ALLOY CONTACT 5

NICKEL PLATED COPPER ALLOY METAL NUT 4

BLACK RUBBER O-RING 3

NICKEL PLATED COPPER ALLOY M12,MALE,METAL BODY 2

- PA66 M12,MALE HSG 1

OTHERS MATERIAL DESCRIPTION ITEM

WIRES:
0.25MM^2(24AWG) FOR 8P
0.14MM^2(26AWG) FOR 12P

-001:0.2M
-002:0.5M
-003:1.0M
-004:1.5M
-005:3.0M
-006:5.0M
-007:7.0M
-008:10.0M
CUSTOMIZATION:
-**0:00.0M
-001:**.5M
-99*: 0.*M

RPC-M12-MF-12CON-PG9-X.XLAU 12 T4171030012-00X
M12 PVC     PG9
  A 12    XX  

RPC-M12-MF-8CON-PG9-X.XLAU 8 T4171020008-00X
M12 PVC     PG9
  A 8    XX 

CABLE
CHARACTERISTIC

CABLE LENGTH
"L"

TYPE
POS. PART NUMBER DESCRIPTION

NOTE:
1. TECHNICAL DATA: SEE TABLE 1
 
2. RECOMMENDED MOUNT PANEL SEE DETAIL 
 
3. PACKAGING:1 PIECE IN A BAG
 
4. ALL DIMENSIONS ARE FOR NOMINAL REFERENCE ONLY 
   UNLESS OTHERWISE STATED
 

RECOMMENDED PANEL CUTOUT

TABLE 1

  ::
1.    ,  1
 
2.            
 
3.  :1PCS/  
 
4.        ,      
 
 

M12,MALE,8POLES

M12,MALE,12POLES

1

2 4 3
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PIN1-WHITEPIN2-BROWN

PIN3-GREEN

PIN4-YELLOW

PIN5-GRAY

PIN6-PINK

PIN7-BLUE

PIN8-RED
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CIRCUIT DIAGRAM
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Brown/ 
Blue/ 
White/ 
Green/ 
Pink/ 
Yellow/ 
Black/ 
Gray/ 
Red/ 
Violet/ 
Gray/pink \  
Red/blue \  
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