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TAMPER-PROOF LABELS OVERVIEW

Quantity per roll: | 2.500 PCs

SERIES PART NO. DESCRIPTION MATERIAL
MV F58495-000 | MV-762381-2.5-8A | SV7000, Polyester silver (0,077 mm), Acrylic adhesive with ,VOID* Pattern | TTDS-084 Labels across:

Winding:
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LABEL HEIGHT: | 0,3[.012] T 01002020 TE Connectivity
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All dimensions in mm [inch] - LINER ‘ VERTICAL REPEAT: | #0,8 [.031]* 1 lorc ) FropueT SPEC ™ Tamper-proof Label Size ,762381"
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