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PARAMETER PERFORMANCE
MODEL NUMBER YF88008-61NF
FREQUENCY 880-960 MHz
GAIN 8.6 dBi
POLARIZATION VERTICAL OR HORIZONTAL
RADIATION PATTERN DIRECTIONAL
VSWR <1.5:1
POWER RATING 200 WATTS
IP RATING P67
OPERATING TEMPERATURE -30°C TO +70° C
STORAGE TEMPERATURE -40°CTO +85° C

OPERATIONAL WIND RATING

100 mph (1.4 Ibf load)

SURVIVAL WIND RATING

136 mph (2.6 Ibf load)

WEIGHT WITHOUT BRACKET 0.92 Ibs
WEIGHT WITH BRACKET 2.44 Ibs
FRONT TO BACK RATIO 20dB
TERMINATION N-FEMALE
CABLE TYPE RG213
IMPEDANCE 50 ohm TYP.
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