CONTACTOR—AC POWER
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TITLE
="TE BR125BC RELAY
TE CONNECTIVITY
175 N, DIAMOND STREET MANSFIELD,
OHIO 44902 TE P.N. DWG NO.
16160101 BR125BC
CAGE CODE SCALE SHEET REV
DS | DATA SHEET 74063 NONE 1O0F2 | D




GENERAL SPECIFICATION

CONSTRUCT {ON METALL IC BASE GASKET SEALED (VENTED)
MAIN CONTACTS
CONF IGURAT 1ON 3 PST N.O. DOUBLE BREAK
VOLTAGE (NOMINAL) 208 VAC 400 HZ.
CURRENT: RES. 250 AMP
IND, 250 AMP
MOTOR 125 AMP
RUPTURE 1800 AMP
QOVER LOAD 1425 AP
AUXIL IARY CONTACTS
CONF 1GURAT 1ON 1-SPST N.O., 5-SPDT
VOLTAGE (NOMINAL) 28 VDC l 5/ 08 VAC 400 HZ
CURRENT RES. 10 AMP LIMITED TO 7-1,2 AMP CON,
COIL DATA
DUTY CYCLE CONT ENUOUS ECONOMIZING
NOM, COIL VOLTAGE 115 VAC  400H
PICKUR MAX., 90 VAC
DROPOUT VOLTAGE 35 £20 VvAC

PICKUP TIME (MAX.) 40 MS ¢ 25°C
RELEASE TIME (MAX.) 125 MS e 25°C

INRUSH CURRENT{MAX.) 1.3 AMPS @ 25°C
MAX . WEJGHT S LBS. 4 0Z,

NOTE:
1., TERMINAL SHIELDS 70 BE STAMPED:

“DANGER-HIGH VOLTAGE™"
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