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GENERAL SPECIFICATION

CONSTRUCTION GASKET SEALED

MODE SIDESTABLE

CONTACTS
MAIN SPST
VOLTAGE 1157200 VOLTS 400 HZ
CURRENT RES, 120 AMPS
OVERLOAD {50 AMPS FOR 1 HOUR
RUPTURE 1000 AMPS

COIL_DATA
DUTY CYCLE CONT INUOUS

MAX, HOLD CURRENT 30 AWP

MAX, OPERATING VOLTAGE 32 viX

MIN, OPERATING VOLTAGE 18 VDC AT 71°C

DROPOUT VOLTAGE i -7VDC
OPERATE TIME AT 28 VDC, 25°C 35 MS MAX
RELEASE TIME AT 28 VDC, 25°C 35 MS MAX

LIFE ELECTRICAL

50,000 CYCLES MIN,

LIFE MECHAN!CAL 100,000 CYCLES MIN,
VIBRAT{ON/10G 75 - 2000 HZ

WE | GHT ‘IMX) 14.5 OZ,
TEMPERATURE RANGE -55*C 10 +71°C
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