
High Current Inductor SMD

Type 3615 Series

Type 3615 Series

This is a high current, wound

inductor, based on phenolic, iron or

ferrite cores (depending on the

value required). The terminations

are of solder coated copper. Values

from 0.1µH to 2.7µH have a

phenolic core, 3.3µH to 100µH an

iron core and 120 µH to 1000 µH a

ferrite core.

We can also offer custom design

solutions in the 3615 package.

Please enquire.

Key Features

■ High Current Winding

■ Versatile Size -
11.4mm x 5mm

■ Temperature Range
-55°C to +100°C

■ Supplied in Standard
Carrier Tape

■ Suitable for Dip and 
Wave Solder

■ Insulation 1000 M Ohms 
Minimum

■ Available from Stock

Characteristics - 
Electrical Style

Inductance Test Self DC Resistance Direct Current
Body (µH) Q Freq. Resonant @ 20°C @ 70°C

Core Marking ±10% Min (MHz) Freq. (MHz) (Max Ohms) (Max mA)

uH10-K 0.10 50 25 550 0.027 3500

uH12-K 0.12 50 25 550 0.028 2870

uH15-K 0.15 50 25 510 0.030 2770

uH18-K 0.18 50 25 460 0.033 2640

uH22-K 0.22 50 25 415 0.035 2570

uH27-K 0.27 50 25 380 0.043 2310

uH33-K 0.33 50 25 350 0.050 2150

uH39-K 0.39 50 25 320 0.065 1880

Phenolic uH47-K 0.47 50 25 300 0.080 1700

uH56-K 0.56 50 25 270 0.10 1520

uH68-K 0.68 50 25 250 0.12 1385

uH82-K 0.82 50 25 220 0.18 1130

1uH0-K 1.0 50 25 200 0.25 960

1uH2-K 1.2 35 7.9 180 0.40 760

1uH5-K 1.5 35 7.9 170 0.48 690

1uH8-K 1.8 35 7.9 150 0.74 555

2uH2-K 2.2 35 7.9 140 0.90 505

2uH7-K 2.7 35 7.9 120 1.10 455

3uH3-K 3.3 35 7.9 70 0.14 1280

3uH9-K 3.9 35 7.9 65 0.16 1200

4uH7-K 4.7 35 7.9 60 0.21 1050

5uH6-K 5.6 35 7.9 50 0.28 905

6uH8-K 6.8 35 7.9 50 0.37 785

8uH2-K 8.2 35 7.9 48 0.40 760

10uH-K 10 35 7.9 42 0.60 620

12uH-K 12 50 2.5 35 0.85 520

15uH-K 15 55 2.5 30 1.2 438

Iron 18uH-K 18 55 2.5 30 1.8 358

22uH-K 22 55 2.5 24 2.0 340

27uH-K 27 55 2.5 22 2.7 290

33uH-K 33 55 2.5 20 3.4 259

39uH-K 39 55 2.5 18 3.8 245

47uH-K 47 55 2.5 16 3.4 259

56uH-K 56 55 2.5 15 3.7 249

68uH-K 68 55 2.5 13 4.0 239

82uH-K 82 55 2.5 10 4.4 228

mH10-K 100 55 2.5 8.0 4.9 216

mH12-K 120 60 0.79 6.8 5.6 202

mH15-K 150 60 0.79 6.4 6.2 192

mH18-K 180 60 0.79 6.0 6.9 182

mH22-K 220 60 0.79 5.8 7.5 175

mH27-K 270 60 0.79 5.6 8.2 167

Ferrite mH33-K 330 60 0.79 5.0 9.1 159

mH39-K 390 60 0.79 4.5 10.0 151

mH47-K 470 60 0.79 4.0 11.0 144

mH56-K 560 60 0.79 3.6 12.3 136

mH68-K 680 60 0.79 3.4 13.7 129

mH82-K 820 60 0.79 3.1 15.1 123

1mH0-K 1000 60 0.79 2.5 16.5 118

Literature No. 1773144
Issued: 12-08

Dimensions are shown for
reference purposes only.

Dimensions are in
millimetres unless
otherwise specified. 

Specifications subject to
change.
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Characteristics - 
Electrical

Operating Temperature: -55°C to +100°C

Temperature Rise: 30°C maximum

Power Dissipation at 70°C ambient: 0.3 Watts

Environmental classification: 55/100/56

Weight: 0.7 grams maximum

Packaging

Parts are supplied Taped and Reeled on 13" Reels in quantities of 1500 pieces

How to Order

3615 A 1R5 K

Common Part

A - Standard Part

Style

Value Code
See Table

Inductance Tolerance

3615 K - ±10%

High Current Inductor SMD

Type 3615 Series

Literature No. 1773144
Issued: 12-08

Dimensions are shown for
reference purposes only.

Dimensions are in
millimetres unless
otherwise specified. 

Specifications subject to
change.

tycoelectronics.com
passives.tycoelectronics.com

Dimensions

Pad Layout



<<
  /ASCII85EncodePages false
  /AllowTransparency false
  /AutoPositionEPSFiles true
  /AutoRotatePages /All
  /Binding /Left
  /CalGrayProfile (Dot Gain 20%)
  /CalRGBProfile (sRGB IEC61966-2.1)
  /CalCMYKProfile (U.S. Web Coated \050SWOP\051 v2)
  /sRGBProfile (sRGB IEC61966-2.1)
  /CannotEmbedFontPolicy /Warning
  /CompatibilityLevel 1.4
  /CompressObjects /Tags
  /CompressPages true
  /ConvertImagesToIndexed true
  /PassThroughJPEGImages true
  /CreateJDFFile false
  /CreateJobTicket false
  /DefaultRenderingIntent /Default
  /DetectBlends true
  /DetectCurves 0.0000
  /ColorConversionStrategy /LeaveColorUnchanged
  /DoThumbnails false
  /EmbedAllFonts true
  /EmbedOpenType false
  /ParseICCProfilesInComments true
  /EmbedJobOptions true
  /DSCReportingLevel 0
  /EmitDSCWarnings false
  /EndPage -1
  /ImageMemory 1048576
  /LockDistillerParams false
  /MaxSubsetPct 100
  /Optimize true
  /OPM 1
  /ParseDSCComments true
  /ParseDSCCommentsForDocInfo true
  /PreserveCopyPage true
  /PreserveDICMYKValues true
  /PreserveEPSInfo true
  /PreserveFlatness true
  /PreserveHalftoneInfo false
  /PreserveOPIComments false
  /PreserveOverprintSettings true
  /StartPage 1
  /SubsetFonts true
  /TransferFunctionInfo /Apply
  /UCRandBGInfo /Preserve
  /UsePrologue false
  /ColorSettingsFile ()
  /AlwaysEmbed [ true
  ]
  /NeverEmbed [ true
  ]
  /AntiAliasColorImages false
  /CropColorImages true
  /ColorImageMinResolution 300
  /ColorImageMinResolutionPolicy /OK
  /DownsampleColorImages true
  /ColorImageDownsampleType /Bicubic
  /ColorImageResolution 300
  /ColorImageDepth -1
  /ColorImageMinDownsampleDepth 1
  /ColorImageDownsampleThreshold 1.50000
  /EncodeColorImages true
  /ColorImageFilter /DCTEncode
  /AutoFilterColorImages true
  /ColorImageAutoFilterStrategy /JPEG
  /ColorACSImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /ColorImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /JPEG2000ColorACSImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /JPEG2000ColorImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /AntiAliasGrayImages false
  /CropGrayImages true
  /GrayImageMinResolution 300
  /GrayImageMinResolutionPolicy /OK
  /DownsampleGrayImages true
  /GrayImageDownsampleType /Bicubic
  /GrayImageResolution 300
  /GrayImageDepth -1
  /GrayImageMinDownsampleDepth 2
  /GrayImageDownsampleThreshold 1.50000
  /EncodeGrayImages true
  /GrayImageFilter /DCTEncode
  /AutoFilterGrayImages true
  /GrayImageAutoFilterStrategy /JPEG
  /GrayACSImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /GrayImageDict <<
    /QFactor 0.15
    /HSamples [1 1 1 1] /VSamples [1 1 1 1]
  >>
  /JPEG2000GrayACSImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /JPEG2000GrayImageDict <<
    /TileWidth 256
    /TileHeight 256
    /Quality 30
  >>
  /AntiAliasMonoImages false
  /CropMonoImages true
  /MonoImageMinResolution 1200
  /MonoImageMinResolutionPolicy /OK
  /DownsampleMonoImages true
  /MonoImageDownsampleType /Bicubic
  /MonoImageResolution 1200
  /MonoImageDepth -1
  /MonoImageDownsampleThreshold 1.50000
  /EncodeMonoImages true
  /MonoImageFilter /CCITTFaxEncode
  /MonoImageDict <<
    /K -1
  >>
  /AllowPSXObjects false
  /CheckCompliance [
    /None
  ]
  /PDFX1aCheck false
  /PDFX3Check false
  /PDFXCompliantPDFOnly false
  /PDFXNoTrimBoxError true
  /PDFXTrimBoxToMediaBoxOffset [
    0.00000
    0.00000
    0.00000
    0.00000
  ]
  /PDFXSetBleedBoxToMediaBox true
  /PDFXBleedBoxToTrimBoxOffset [
    0.00000
    0.00000
    0.00000
    0.00000
  ]
  /PDFXOutputIntentProfile ()
  /PDFXOutputConditionIdentifier ()
  /PDFXOutputCondition ()
  /PDFXRegistryName ()
  /PDFXTrapped /False

  /Description <<
    /CHS <FEFF4f7f75288fd94e9b8bbe5b9a521b5efa7684002000500044004600206587686353ef901a8fc7684c976262535370673a548c002000700072006f006f00660065007200208fdb884c9ad88d2891cf62535370300260a853ef4ee54f7f75280020004100630072006f0062006100740020548c002000410064006f00620065002000520065006100640065007200200035002e003000204ee553ca66f49ad87248672c676562535f00521b5efa768400200050004400460020658768633002>
    /CHT <FEFF4f7f752890194e9b8a2d7f6e5efa7acb7684002000410064006f006200650020005000440046002065874ef653ef5728684c9762537088686a5f548c002000700072006f006f00660065007200204e0a73725f979ad854c18cea7684521753706548679c300260a853ef4ee54f7f75280020004100630072006f0062006100740020548c002000410064006f00620065002000520065006100640065007200200035002e003000204ee553ca66f49ad87248672c4f86958b555f5df25efa7acb76840020005000440046002065874ef63002>
    /DAN <>
    /DEU <>
    /ESP <>
    /FRA <>
    /ITA <>
    /JPN <>
    /KOR <FEFFc7740020c124c815c7440020c0acc6a9d558c5ec0020b370c2a4d06cd0d10020d504b9b0d1300020bc0f0020ad50c815ae30c5d0c11c0020ace0d488c9c8b85c0020c778c1c4d560002000410064006f0062006500200050004400460020bb38c11cb97c0020c791c131d569b2c8b2e4002e0020c774b807ac8c0020c791c131b41c00200050004400460020bb38c11cb2940020004100630072006f0062006100740020bc0f002000410064006f00620065002000520065006100640065007200200035002e00300020c774c0c1c5d0c11c0020c5f40020c2180020c788c2b5b2c8b2e4002e>
    /NLD (Gebruik deze instellingen om Adobe PDF-documenten te maken voor kwaliteitsafdrukken op desktopprinters en proofers. De gemaakte PDF-documenten kunnen worden geopend met Acrobat en Adobe Reader 5.0 en hoger.)
    /NOR <>
    /PTB <>
    /SUO <>
    /SVE <>
    /ENU (Use these settings to create Adobe PDF documents for quality printing on desktop printers and proofers.  Created PDF documents can be opened with Acrobat and Adobe Reader 5.0 and later.)
  >>
  /Namespace [
    (Adobe)
    (Common)
    (1.0)
  ]
  /OtherNamespaces [
    <<
      /AsReaderSpreads false
      /CropImagesToFrames true
      /ErrorControl /WarnAndContinue
      /FlattenerIgnoreSpreadOverrides false
      /IncludeGuidesGrids false
      /IncludeNonPrinting false
      /IncludeSlug false
      /Namespace [
        (Adobe)
        (InDesign)
        (4.0)
      ]
      /OmitPlacedBitmaps false
      /OmitPlacedEPS false
      /OmitPlacedPDF false
      /SimulateOverprint /Legacy
    >>
    <<
      /AddBleedMarks false
      /AddColorBars false
      /AddCropMarks false
      /AddPageInfo false
      /AddRegMarks false
      /ConvertColors /NoConversion
      /DestinationProfileName ()
      /DestinationProfileSelector /NA
      /Downsample16BitImages true
      /FlattenerPreset <<
        /PresetSelector /MediumResolution
      >>
      /FormElements false
      /GenerateStructure true
      /IncludeBookmarks false
      /IncludeHyperlinks false
      /IncludeInteractive false
      /IncludeLayers false
      /IncludeProfiles true
      /MultimediaHandling /UseObjectSettings
      /Namespace [
        (Adobe)
        (CreativeSuite)
        (2.0)
      ]
      /PDFXOutputIntentProfileSelector /NA
      /PreserveEditing true
      /UntaggedCMYKHandling /LeaveUntagged
      /UntaggedRGBHandling /LeaveUntagged
      /UseDocumentBleed false
    >>
  ]
>> setdistillerparams
<<
  /HWResolution [2400 2400]
  /PageSize [612.000 792.000]
>> setpagedevice


