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SILICONE RUBBER 062 £.002 DIA, —— 144
GASKET GOLD PLATED FPINS ] 200b=—
COIL: @ 25°C CUSTOMER DATA SHEET
RESISTANCE 300 OHMS * 10%
NOMINAL VOLTAGE 28.0 vDC BLUE BEADS7
13.0 VDC

MUST OPERATE
MUST RELEASE _ 7.0 VOC MAX. 15 vDC MiN.

ENVIRONMENT:
viBRATION __10
SHOCK 20 g's 1 MS. DURATION

TEMPERATURE -70 oc To 125 o

NOTES. OPERATE & RELEASE 10 MS MAX.
OPERATE BOUNCE 2 MS MAX.
RELEASE BOUNCE 5 MS MAX.

cPs To 2000 cps g _20 g

ANFEP

CONTACT RATING: 10 AMPS =8 vDC
115 VAC/400 HZ. 1 PHA§E
1 VAL, Vv
100 000 OPERATIONS
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CUST. NO. _MS27247-2

TYPE 07 RELAY
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