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COIL: @ +25°C
1030 OHMS * 10%

CUSTOMER DATA SHEET

RESISTANCE
NOMINAL VOLTAGE
MUST CPERATE
MUST RELEASE

26.5 VDC
11.4 vDC
6.9 vDC MAX, 11 VvDC MIN.

BLUE BEAD 7
AZ

ENVIRONMENT:
VIBRATION cPs TO 2500 cps @ 20 gs
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INSTRUMENTS, INC.

CUST. aPL
CUST NO. M3%9016/44-028L

TYPE "HMS® RELAY

HMS1130S04L




