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CQIL: @ 25°C CUSTOMER DATA SHEET
NOMINAL VOLTAGE 26.0 VOC - O
14.2 VDC =
MUST OPERATE ; ;
MUST RELEASE 80 VDC MAX, 137 VOC MN. (E; [ ] ‘?
ENVIRONMENT:
10 3000 30 . + O
VIBRATION CPS TO CPS 8 g's
- 6 . LOW LEVEL TO 1 AMP
SHOCK 73 g's — = MS. DURATION CozrgT\%ETRERsf‘sﬂyg 100,000 OPERATIONS
TEMPERATURE -65 °C TO +125 o
NOTES: _ OPERATE TIME 20 MS MAX R RB 3/24798

RELEASE TIME 4.0 M3 MAX
CONTACT STABILIZATION TIME 2.0 MS MAX
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