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RESISTANCE 390 OHMS * 10%
NOMINAL VOLTAGE 120 VDC m
MUST OPERATE 7.0 vOC
MUST RELEASE 0.63 VOC
ENVIRONMENT: OF i ¥ 40
viBRATION 10 cps 10 3000 ¢ps @ _30 s
75 : 6 CONTACT RATING: _LOW LEVEL TO 1A
SHOCK 9s MS. DURATION | 8 VDC RESISTIVE 100.000 OPERATIONS
TEMPERATURE -65 oc TO 125 e
NOTES: _ OPERATE TIME 2 MS MAX —
RELEASE TIME 15 MS MAX OR_RB_8/26/97] G lceey 8leéh
CONTACT BOUNCE 15 MS MAX .I COMMUNICATIONS
INSTRUMENTS, INC.
[
CUST. ‘.t s
CUST. NO. STD. TYPE "MA" RELAY MAW—12




