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1 CONTACT SIZE #4
1 CONTACT SIZE #12
12 CONTACTS SIZE #16

HDP24/HD34-24-9S  MATES WITH  HDP26/HD36-24-9P
HDP26/HD36-24-9S  MATES WITH  HDP24/HD34-24-9P

1 CONTACT SIZE #4
2 CONTACTS SIZE #8
6 CONTACTS #12

HDP24/HD34-24-14S  MATES WITH  HDP26/HD36-24-14P
HDP26/HD36-24-14S  MATES WITH  HDP24/HD34-24-14P

HDP24/HD34-24-16S  MATES WITH  HDP26/HD36-24-16P
HDP26/HD36-24-16S  MATES WITH  HDP24/HD34-24-16P

HDP24/HD34-24-18S  MATES WITH  HDP26/HD36-24-18P
HDP26/HD36-24-18S  MATES WITH  HDP24/HD34-24-18P

HDP24/HD34-24-19S  MATES WITH  HDP26/HD36-24-19P
HDP26/HD36-24-19S  MATES WITH  HDP24/HD34-24-19P

HDP24/HD34-24-21S  MATES WITH  HDP26/HD36-24-21P
HDP26/HD36-24-21S  MATES WITH  HDP24/HD34-24-21P

SKT. PIN SKT. PINSKT. PIN

SKT. PIN SKT. PINSKT. PIN

16 CONTACTS SIZE #12
 
 

6 CONTACTS SIZE #12
13 CONTACTS SIZE #16
 

1 CONTACT SIZE #8
3 CONTACTS SIZE #12
14 CONTACTS #16

4 CONTACTS SIZE #12
17 CONTACTS SIZE #16
 

 
4. PIN ID MARKINGS MUST BE VISIBLE FROM 6 INCHES 
   AWAY IN NORMAL LIGHTING CONDITIONS.
 
3.  '/' INDICATES EITHER, OR PART NUMBER.
 
2   SEALS WITH CAVITY SIZE #4 AND #8 ARE EXTENTED.
 
1.  ALL VIEWS SHOW REAR END (GROMMET) OF CONNECTOR.
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 4 CONTACTS SIZE #12
19 CONTACTS SIZE #16 
 6 CONTACTS SIZE #20

THIS ARRANGEMENT IS FOR 'E' SEAL ONLY

HDP24/HD34-24-23S  MATES WITH  HDP26/HD36-24-23P
HDP26/HD36-24-23S  MATES WITH  HDP24/HD34-24-23P

23 CONTACTS SIZE #16

HDP24/HD34-24-31S  MATES WITH  HDP26/HD36-24-31P
HDP26/HD36-24-31S  MATES WITH  HDP24/HD34-24-31P

HDP24/HD34-24-29S  MATES WITH  HDP26/HD36-24-29P
HDP26/HD36-24-29S  MATES WITH  HDP24/HD34-24-29P

HDP24/HD34-24-33S  MATES WITH  HDP26/HD36-24-33P
HDP26/HD36-24-33S  MATES WITH  HDP24/HD34-24-33P

SKT. PIN SKT. PINSKT. PIN

SKT. PIN

31 CONTACTS SIZE #16
THIS ARRANGEMENT IS FOR 'E' & 'T' SEAL ONLY

33 CONTACTS SIZE #20

HDP24/HD34-24-35S  MATES WITH  HDP26/HD36-24-35P
HDP26/HD36-24-35S  MATES WITH  HDP24/HD34-24-35P

PIN

 3 CONTACTS SIZE #16
32 CONTACTS SIZE #20
 

SKT.

HDP24/HD34-24-47S  MATES WITH  HDP26/HD36-24-47P
HDP26/HD36-24-47S  MATES WITH  HDP24/HD34-24-47P

5 CONTACT SIZE #16
42 CONTACTS SIZE #20

THIS ARRANGEMENT IS FOR 'E' SEAL ONLY
SKT. PIN
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2 CONTACT SIZE #8
2 CONTACT SIZE #12
5 CONTACTS SIZE #16

HDP24/HD34-24-91S  MATES WITH  HDP26/HD36-24-91P
HDP26/HD36-24-91S  MATES WITH  HDP24/HD34-24-91P

SKT. PIN

3 CONTACT SIZE #4
4 CONTACT SIZE #16
 

HDP24-24-7S  MATES WITH  HDP26-24-7P
HDP26-24-7S  MATES WITH  HDP24-24-7P

SKT. PIN
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