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PLASTI-GRIP and PIDG Pressure 
Type Wire Pin Terminals
(Use CERTI-LOCK* Tooling)
**160404-2 use only 90276-2 tool

TO BE SOLD ONLY
WITH INSTALLATION
INSTRUCTIONS

Note: Only certain terminal part numbers apply.

22-10 AWG
Stranded Wire

UL Wire Combinations

PIDG, 300V MAX 
PLASTI-GRIP, 600V MAX

 105 C[222 F] Max

Recognized Under the
Component Program of

UL File E13288

TOOLING ASSISTANCE CENTER 1--800--722--1111
PRODUCT INFORMATION 1--800--522--6752
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