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S SUMITOMO CONNECTOR

CODE CONNECTION TYPE

1 CABLE 2 FT

2 CABLE 4  FT

D M12 CONNECTOR

3 CABLE 10 FT

4 PACKARD CONNECTOR A

5 BAYONET CONNECTOR

N CABLE 2 M

P CABLE 5 M

6 FORM  C

7 FORM A

9 PACKARD CONNECTOR B

C 1/2" NPT CONDUIT

E CABLE 3  FT

A AMP CONNECTOR

R CABLE 10 M

M CABLE 1 M

CONNECTION DESCRIPTION MATING HOUSING P/N MATING TERMINAL P/N MATING RUBBER SEAL P/N

BAYONET BAYONET PTIH-10-6P OR EQUIV PT06A-10-6S MIL-C-26482 - -

PACKARD 3-PIN METRI-PACK 150 12078090 12103881, QTY 3 -

Cable & 1/2NPT CONDUIT 4-WIRE,22 AWG, SHIELDED, PVC JACKET, 105 DEGC - - -

M12 BINDER SERIES 713, 09 3431 77 04 OR EQUIV -

AMP/TE AMP / TE 3-PIN ECONOSEAL J SERIES 174357-2 & 174358-7
171630-1 (AWG 20~24)

171662-1 (AWG 16~20), QTY 3

172746-1 (AWG 20~24)

172888-2 (AWG 16~20), QTY 3

FORM C INDUSTRIAL STANDARD 9.4MM FORM C
HIRSCHMANN 933 024-100,OR,

ATAM KD046000B7 (SEAL INCL.)
- HIRSCHMANN 730 185-002

FORM A DIN EN 175 301-803-A 18MM
HIRSCHMANN 931 969-100,OR,

ATAM KA245000B4 (SEAL INCL.)
- HIRSCHMANN 730 801-002

SUMITOMO SUMITOMO 3-PIN HV040 6189-6907

8100-3067 (AWG 20~22)

8100-3068 (AWG 16~18)

QTY 3

7165-1075 (INS. DIA 1.1~1.6MM)

7176-0621 (INS. DIA 1.6~1.9MM)

7165-0622 (INS. DIA 1.8~2.2MM), QTY 3

CONNECTION TYPES

4-POS FEMALE, RECOMMENDED WWW.FINECABLES.COM PN:MB12FWAFF04ST-3

2 1/4-19 BSPP 30~35

3 G3/8 JIS B 2351 35~40

4

7/16-20 UNF-2A MALE SAE

J514 STRAIGHT THREAD   O-

RING BUNA-N 70SH -904

ID 8.92mm X W 1.83mm

18~20

5 1/4-18 NPT 2~3 TFFT

6 1/8-27 NPT 2~3 TFFT

B G1/4-19 JIS B2351 30~35

E 1/4-19 BSPT 2~3 TFFT

F 1/4-19 BSPP FEMALE 30~35

G M14 X 1.5 mm ISO 6149-2 30~35

H 7/16-20 UNF-3A AS4395 MALE 18~20

M M18 X 1.5 mm 35~40

P

7/16-20 UNF FEMALE SAE

J514 STRAIGHT HREAD

INTEGRAL VALVE

DEPRESSOR

15~16

Q M10 X 1.0 mm 15~16

R
7/16-20 UNF FEMALE SAE

J514 STRAIGHT HREAD
15~16

S M12 X 1.5 mm 25~30

T M22 X 1.5 mm 40~45

U
G1/4 DIN3852 FORM E

GASKET DIN3869-14 NBR
30~35

W M20 X 1.5 mm 40~45


