
Coaxial Terminations

SMA Plug Terminator
Part Number 1460802

Plating — Gold
Frequency — 6 GHz

3.40
[.134]

Max.

11.00
[.433]

Max.

2.50
[.098]

Max.

Coupling Nut

Shell

Center
Conductor

Dielectric

SW 8 h11

SMC Plug Terminator
Part Number 1460803

Plating — Gold
Frequency — 6 GHz

13.00
[.512]

Max.

SW 6 h11

+ 0.10
– 0.30
+ .004
– .012

3.30

[.130 ]

Coupling Nut

Shell

Center
Conductor

Dielectric

Push Pull Plug Terminator
Part Number 619219

Plating — Gold
Frequency — 6 GHz

17.70
[.697]

Ref.

Ø 8.30
    [.327]

Ø 7.70
    [.303]

8.00
[.315]

5.50
[.217]

QMA Plug Terminator
Part Number 619271-1
Single Packaging
Plating — Standard Gold

Part Number 5-619271-1
1000 Pieces per Pack
Plating — Standard Gold

Part Number 619271-2
Single Packaging
Plating — Higher Gold

Part Number 5-619271-2
1000 Pieces per Pack
Plating — Higher Gold

19.80
[.780]

Ø 10.50
    [.413]

Note: Part Numbers are RoHS compliant except: � Indicates non-RoHS compliant.
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