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INCHES[mm] RECEPTACLE, 8PIN -CL06 MOD
DT SERIES

-

2015

2015

4AFU8

BY -TE CONNECTIVITY

A INITIAL RELEASE 08AUG2015 MGM DM

1.772
45.01[ ]

2.165
54.99[ ]

.945
24.00[ ]

1.398
35.51[ ]

1.798
45.67[ ]

1.000
25.40[ ]

.146
3.71[ ]

.735
18.67[ ]

4X .170
4.32[ ]

TCPN ALIAS PART NUMBER

DT04-08PA-CL06 DT04-08PA-CL06

CONTACT
 SIZE

 MIN. INSUL. 
O.D

MAX INSUL.
  O.D

WIRE RANGE
[mm²]

16
.053
[1.35]

.120
[3.05]

14-20 AWG
[2.0-0.5]

 DATE CODE: MONTH IS REPRESENTED
     BY SEQUENTIAL ALPHA CHARACTERS
     EX: A =JANUARY; YEAR IS REPRESENTED
     BY LAST NUMERICAL DIGIT EX: 0=2010

 MATERIAL: RECEPTACLE HOUSING & FLANGE: PA66 GF15 (BLACK)
               GROMMET: SILICONE (ORANGE-RED)

  3. THIS RECEPTACLE MATES WITH DT06-08SA-XXXX PLUG
     (XXXX = ALL MODIFICATIONS)

  2. SECONDARY WEDGE LOCK SOLD SEPARATELY: W8P-XXXX.
     (XXXX = ALL MODIFICATIONS)

 DIMENSION TOLERANCE: �#�.025 [.64], EXCEPT FOR
     PANEL CUTOUT: �#�.010 [.25]. SEE SHEET 2.
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1.772
45.01[ ]

.945
24.00[ ]

1.100
27.94[ ]

1.772
45.01[ ]

.945
24.00[ ]

.900
22.86[ ]

4X R.060
1.52[ ]4X .170

4.32[ ]

4X R.200
5.08[ ]

4X .170
4.32[ ]

1.071
27.20[ ]

1.485
37.72[ ]

FRONT MOUNT REAR MOUNT

FOR REFERENCE ONLY

RECOMENDED
PANEL CUTOUT FRONT
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PANEL CUTOUT REAR
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