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3.  MATERIAL - HOUSING: PA66 GF15 (BLACK);
               WEDGE LOCK (INCLUDED): PBT GF30 (GREEN) 
               SEAL: VMQ (RED-ORANGE)
               BUSSBAR: COPPER ALLOY, NICKEL PLATED      
 
2.  MAXIMUM CURRENT RATING FOR 2 PIN BUSSBAR IS 13 AMPS.
 
1.  THIS RECEPTACLE MATES WITH DT06-2S-XXXX PLUG.
    (XXXX = ALL MODIFICATIONS).

DATE CODE: YEAR IS REPRESENTED BY THE LAST
NUMERICAL DIGIT, EX: 2 = 2012.
MONTH IS REPRESENTED BY SEQUENTIAL ALPHA
CHARACTERS, EX: A = JANUARY.
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