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COIL: 265 VDC NOMINAL

CUSTOMER DATA SHEET

WINDING 81

WINDING u2

1000 OHMS % 10%

1000 OHMS t 10%

13V MUST OPERATE

13V MUST OPERATE

LAST ENEF\’G

ENVIRONMENT:
VIBRATION

SHOCK 50

cPs 10 2000 cps @ _20

gs
X M5, DURATION

gs

TEMPERATURE

-65

°C TQ +125 o

NOTES:

LATCH & RESET TIME : 4 MS MAX

CONTACT BOUNCE : 2 MS MAX,

woo

CONTACT RATING: 2 AMPS / 30 vDC
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