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TE Connectivity

ELECTRICAL MECHANICAL

ENVIRONMENT AL

Force to Engoge (Lbs MAX) 13
Disengage (Lbsy 5.0 MIN
Center Contoct Retention: N/A

NOMINAL IMPEDANCE (OHMS) 50 %1
Frequency Ronge (GHz» DC to 40

Volt Rating (WVRMS MAXD

@ Sea Level 335 Coble Retention:

TEMPERATURE RATING =65 TO +165°C

Vibrotion MIL-STD-202, Method
c04, Condition D

Thermal Shock MIL-3TD-202,
Method 107, Condition E

Corrosion — MIL-5TD-207, Method
101, Condition B

D
‘ VSWR DC to 18 GHz: 120 MAX Axdale 2l Lhbs. Hin
18 to 265 GHz: 135 MAX Rotational: 16 In Oz
‘ c6.5 to 240 GHz 1.7 MAX
‘ ‘ Interfoce per MIL-STD-348A,
Insertion Loss 012y F GHz (dB min Figure 326-1a
Corona, /0,000 Ft (VEMS MIND 190
—— DSCC Reference Foart Number:
‘ Dielectric Withstanding Voltage 940087CG-2
(VEMS MIN» @ Seo Level o000
Contoct Resistance (Milliohms MAX)
‘ Center Contact 6.0
Uuter Contoct 2.0
Coble to Housing 0.2
‘ RF High Fotential @ Sea Level
(VRMS MIN @ 5 MHz) 305
‘ c | LR.(Megohms MIN) 5,000
‘ — HOUSTING BERYLLIUM CUFPER FPER GOLD PLATE PER
CENTER CONTACT ASTM B 196, ALLOY ASTM-E-483
ANTI-ROCK RING Cl7z00, CONDITION H
EMI RING
‘ DIELECTRIC THFE FLUORDCAREON N/ A
PER ASTM-D-14%7/
‘ COMPUNENT MATERIAL FINISH
B
‘ A

10565217
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