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2. MATERTAL:
INSULATOR: THERMOPLASTIC: GLASS REINFORCED, UL 94V-0
FLAMMABILITY RATED, COLOR: BLACK
CONTACT: BRASS ROD ALLOY
CROWN BAND: BERRYLLIUM COPPER
RETENTION CLIP: BERYLLIUM COPPER
3. FINISH:
CONTACTS SIX/ZE #12: GOLD .000010 MIN THK OVER NICKEL .000040 MIN THK.
CONTACTS: SI/ZE #20: GOLD .000010 MIN THIK OVER NICKEL .000040 MIN THK.
CROWN BAND: GOLD IN CONTACT AREA: 000030 MIN THK
OVER NICKEL .000040 M9N THK.
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