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00 Wire Connection drawing
— 1-2071349-2 Dual coil/Top Pin(24V) EW82-1A3-C024D0°2 24V 12
” H 1-2071349-1 Dual coil/Top PinC12V) EW82-1A3-C012D0? 12V 1]
1-2071349-0 Dual coil/Top Pin(9V) EW82-1A3-C009D0°? 9V 10
2071349-9 Single coil/Top Pin(24V) EW82-1A3-B024D0°? 24V 9
2071349-8 Single coil/Top Pin(12V) EW82-1A3-B012D02 12V 8
2071349-1 Single coil/Top Pin(9V) EW82-1A3-B009D0? 9V |
2071349-6 Dual coil/Bottom Pin(24V) EWE0-1A3-C024D02 24V 6
DIMENSTON | TOLERANCE 2071349-5 Dual coil/Bottom Pin(12V) FW80-1A3-C012D02 12V 5
<= 1mm +0.7 2071349-4 Dual coil/Bottom Pin(9V) EWE0-1A3-C009D0?2 9V 4
I~ 5mm 10 3 2071349-3 [ Single coil/Bottom Pin(24V] EW80-1A3-B024D0? 24V 3
> = 5mm 10 4 2071349-?2 STng\e coT\/Bo%fom PTn(12V> EWE0-1A3-B012D0? 12V ?
2071349-1 Single coil/Bottom Pin(9V) EW80-1TA3-B009D0? 9V |
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