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NOTES - 1-2148999-0 50045
[ PARTS AND PROCESSES RoHS COMPLIANT PER TE CONNECTIVITY STANDARD TEC-138-702. 2148999-9 45045
?. PRODUCT RATING: 2148999-8 4005
CHARACTERISTIC IMPEDANCE: 50 OHMS Normal
FREQUENCY RANGE - DC TO 9GHz 21489991 350£5
3. CABLE ASSEMBLY TO BE 100% OPEN & SHORT TESTED 2148999-6 30045
4. UMCC GEN1 CAN MATE WITH T-PEX MHFT SERIES AND HIROSE U.FL SERIES 2148999-5 050-+5
2148999-4 20043
2148999-3 15043
2148999-7 10043
2148999~ 1 5043
P/N LENGTH
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