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A HOUSING MATERIAL: LIQUID CRYSTAL POLYMER
COLOR: NATURAL.

A CONTACT MATERIAL: PHOSPHOR BRON/ZE PER UNS
ALLOY NO. C51100, TEMPER: HO4.
A CONTACT FINISH:

0.00127 MIN NICKEL.

ON MATING SURFACES:

CONFORMS TO ALL TESTING SPECIFIED FOR TELCORDIA
UNCONTROLLED ENVIRONMENT.

ON LEADS

0.00381 MIN TIN—LEAD OVER UNDERPLATE.

| LUBRICATION (ENTIRE CONTACT):

SURFACE CONDITIONER PER AMP SPEC 112—-1002 AFTER PLATING.
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