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DESCRIPTION M12 A—CODED F—-5 CABLE GLAND CONNECTOR FEMALE
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SW1L SW13M12x1
- SW13 SW12
7 (1) |COLOR RING (OPTIONAL)  |THERMOPLASTIC max.INm
6 1 CABLE GLAND Cu—ALLOY
5 1 |DISC Cu—ALLOY SHOWN 1—-2312501—1
4 1 DISC HEAD Cu—ALLOY
3 1 |CONTACT HOLDER PA (THERMOPLAST) 50.9 0
2 — ORDERED SEPARATELY Cu—ALLOY GOLD—-PLATED a C
1 1 FRONT HOUSING Cu—ALLOY NICKEL—=PLATED 4 _ *
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M12 A—CODED F—-5 CABLE GLAND FEMALE CONNECTOR g
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M12x1
SL. No. of OUTSIDE .
NO. | B PART NO. DESCRIFTION CONTACTS | CABLE DIA SWT/— SW13
1 1-2312501—1 |M12 A—CODED F—5 CABLE GLAND CONNECTOR FEMALE 4-6.5 mm 5 4—6.5 mm SW13— — SW1Z I
max.INm
2 1-2312501-2 |M12 A—CODED F—5 CABLE GLAND CONNECTOR FEMALE 5.5-9 mm 5 55-9 mm
SHOWN 1—2512501-2
SHIELD DISC CHART CONTACTS TABLE §
CENTER HOLE CABLE DIAMETER W/O "
PART NAME SLIELD Dlac SUTE AT / M12 CODING PIN/SOCKET PICTURE WIRE SIZE TE P/N DESCRIPTION 2
SHIELD DISC 1 4 mm 3.9 mm MAX. B
AWG20/22 1-2314103-1 |M12 CRIMP CONTACT SOCKET 1mm Au 0.8
SHIELD DISC 2 5 mm 4.9 mm MAX.
SHIELD DISC 3 6 mm 5.9 mm MAX. AS CODING REC %
SHIELD DISC 4 7 mm 6.9 mm MAX. AWG22/24 1-2314103-2 |M12 CRIMP CONTACT SOCKET 1mm Au 0.8
NOTES: PLEASE NOTE: CONTACTS NEED TO BE ORDERED SEPARATELY DEPENDING ON THE AWG SIZE.
—ALL DIMENSIONS ARE FOR NOMINAL REFERENCE ONLY. —
—PACKAGING: 1 PIECE IN A BAG.
—THE CONNECTOR IS AS PER IEC 610/6—2—101.
—TEMPERATURE RANGE: —40°C TO 85°C.
—VIBRATION & SHOCK TEST CONDUCTED AS PER IEC ©615/3:1999.
—FIRE PERFORMANCE CONDUCTED AS PER EN45545—2, NFF16—101 AND NFF16—102.
—ITHE THREAD OF THE MATING INTERFACE WITH THE COUNTERPART IS M12x1
ACCORDING TO IEC610/6—2—1071.
—SUPPLIER RECOMMENDED CRIMP INSERT: SHOULD BE VALIDATED ON CABLE USED. ISO VIEW
—CONTACTS & SHIELD DISCS SHALL BE SUPPLIED BY THE SUPPLIER. — ——
—SHIELD DISC 1 — 4 ARE SUPPLIED IN THE BOX. THIS DRAWING IS A CONTROLLED DOCUMENT. e -
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