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 LENGTH 

(20)

( 1.13 BLACK)

(10.5)

6.0

6.4 MIN.

MATING HEIGHT 2.50 MAX

PC HEAT SHRINK TUBE, BLACK 4

LENGTH COAX CABLE 1.13MM BLACK 3

1PC UMCC GEN1, IPEX 20278-112R-13 OR EQUIVALENT 2

1PC SMA BULKHEAD JACK WITH O-RING 1

QTY DESCRIPTION ITEM

1-2404600-0 1000 10

2404600-9 750 5

2404600-8 500 5

2404600-7 350 5

2404600-6 300 3

2404600-5 250 3

2404600-4 200 3

2404600-3 150 3

2404600-2 100 3

2404600-1  50+3

P/N LENGTH

NOTES:
1. MATERIAL AND PROCESSING MUST MEET REQUIREMENTS OF TEC-138-702
2. PRODUCT RATING:
   CHARACTERISTIC IMPEDANCE: 50 OHMS Normal
   FREQUENCY RANGE:          DC TO 9GHz
3. CABLE ASSEMBLY TO BE 100% OPEN,SHORT
4. SMA NUT AND WASHER ARE SEPARETE PARTS, AND SHOULD BE PUT IN SEPARATE BAGS
   SMA BODY,CC,WASHER,NUT ARE GOLD PLATING
5. UMCC GEN1 CAN MATE WITH I-PEX MHF SERIES AND HIROSE U.FL SERIES

4

RECOMMEND PANEL HOLE
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23

PLUG

CABLE

RECEPTACLE
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