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“——0 1 BROWN CONF IGURATION SPST N.0. (DOUBLE BREAK)
.38 VOL TAGE 28 V¢
19.5] CURRENT
& .76 RESISTIVE 400 AMPS
i19.3] RUPTURE 4000 AMPS
: MOTOR 1875 AMPS FOR 0 TO 5 SEC.
1700 AMPS FOR 5 TO 10 SEC.
1.65 1500 AMPS FOR 10 TO 15 SEC.
141-9) 1200 AMPS FOR 15 T0 20 SEC.
1000 AMPS FOR 20 TO 25 SEC.
750 AMPS FOR 25 TQ 30 SEC.
500 AMPS FOR 30 TO 90 SEC.
AUXILIARY CONTACTS
CENTER OF CONFIGURATION 2pDT
GRAVITY ——— YOLTAGE 28 V¢
CURRENT
RESISTIVE 1 AMP
1.05 NAX
(13 126,671 COIL DATA
i3.21 | | DUTY CYCLE CONTINUOUS (NON-ECONOMIZED?
| | MAX OPERATE VOLTAGE 32 VD¢
[ i L T17 NOM QPERATE VOLTAGE 28 VDO
5 T MAX PICKUP VOLTAGE 18 VDC MAX
7 r DROPOUT VOLTAGE 9 VDC MAX
2 X 1,165 AT COIL CURRENT
; : INRUSH 9 AMP MAX AT 28 VDC
129.59] @\S_ .—J—.— HOLD 400 mA MAX AT 28 VDC
R OPERATE TIME 45 mS AT 18 VOC AND 85°C
DROPQUT TIME 25 mS AT 32 VOC
| ENVIORNMENTAL DATA . Q
2.81 NAX L : | TEMPERATURE -55°C T0 85°C
171.3141 ALTITUDE 50,000 FEET
2 ¢i§3gfi'g°?2] LIFE ELECTRICAL 50,000 CYCLES MIM.
: i LIFE MECHANICAL 100,000 CYCLES MIN.
@/ %2 WEIGHT WAK
<7
152 —e
[38.6] ——24.00 +0.5
1,750 1609,6 +12.7]
144.45] TUBING
216 24.00 £0.5 1,71 NOTES:
154.9) (609.6 +12.11 1451 1. AUXILIARY CONTACTS ARE GOLD PLATED.
1.25 REF == : : 2. LOW LEVEL RATING NOT APPLICABLE AFTER APPLICATION OF CURRENT GREATER
[31.81] THAN 125 md.
CENTER OF 3. PICKUP MUST BE LIMITED TO 100 mS MINUMUM TO 150 mS MAXIMUM
GRAVITY ACROSS PINS 1 (RED) AND 2 (BLUE),
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