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P LTR DESCRIPTION DATE DWN APVD
A2 | REV PER ECN—22—150900 18APR2022| RK |[CSD
ARV 1 WIRE INSULATION DIA 105 TO 150
WIRE RANGE
64 ANG A FINISH: BODY AND SLEEVE:
STRANDED TIN PLATE PER ASTM B545.
A MATERIAL: BODY AND SLEEVE,
COPPER PER ASTM B152
INSULATION: PVF?2
SERRATIONS
SLEEVE
INSULATION \ —.050 MIN
L = \2 STRIPES(180° APART)
COLOR: BLUE
I - . 140 MIN TYP
— 1.265 MAX -
1000 LOOSE PIECE 696428—1
QTY PACKAGE TYPE PART NO.
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FOR ADDITIONAL NoHES OTHERWISE SPECIFIED: AP%/DM\CH\ELUTT\ TSAUGOS [ NAME
PRODUCT INFORMATION OR | PRODUCT INFORMATION CENTER VOLTAGE RATING: T SPLICE, BUTT, PVF2 , P.ILD.G,,
COPIES OF DRAWINGS 0 PLG - WIRE SIZE: 16—14 AWG
AND TECHNICAL DOCUMENTS | 1-800-522-67/52 @g; oy : 008 ' -
FOR APPLICATION TOOLING ASSISTANCE CENTER CIRCULAR MIL AREA: 3 PLC + o APPLICATION SPEC
W.O4*2.62mm2[2,05075,180] XN;\:ECS + - L SIZE CAGE CODE | DRAWING NO RESTRICTED TO
TOOLING INFORMATION 1-800-722—-1111 STRANDED e TS =
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