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CONTACT MCP-E TERMINAL

Part No. 936606-1 936607-1

WIRE SIZE (mm
2
) 1.0~2.0 SQ 0.5~1.0 SQ

TOLERANCES UNLESS
OTHERWISE SPECIFIED :

< TABLE 2 >

3D ISO
SCALE  1:1

SEE DETAIL  B

SECTION  A-A

1

2

3

NOTE.
 
1. CONDITION OF DELIVERY : DBL PLATE IN OPEN POSITION
2. APPLIED RECEPTACLE CONTACT P/N
 
 
 
 
 
 
3. APPLIED MALE CONNECTOR P/N : 936294-2
4. APPLIED COVER HSG P/N : 936303-2
5. GENERAL TOLERANCE : TABLE 2

DETAIL  B
SCALE  5:1
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