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7   PART MODIFICATION.
 
6.  RECOMMENDED SCREW: 6-32 [M4].
    TORQUE: 20-25 IN-LB [2.26-2.82 Nm].
 
5.  SEE SHEET 2 FOR OTHER KEY ARRANGEMENTS.
 
4   MATERIAL - HOUSING/FLANGE: NYLON 6/6 15% GF;
    GROMMET: VMQ.
 
3.  THIS RECEPTACLE MATES WITH DTM06-12SX-XXXX PLUG.
    (X = A,B,C,D KEYS; XXXX = ALL MODIFICATIONS)
 
2   FOR CONTACT AND WIRE PERFORMANCE AND APPLICATION
    CHARACTERISTICS SEE ENVELOPE DRAWING 0425-015-0000.
 
1.  SECONDARY WEDGE LOCK SOLD SEPARATELY: WM-12P.
 
NOTES: UNLESS OTHERWISE SPECIFIED
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DEUTSCH PNTE INTERNAL PN

8.  GASKET PN DT12-L012-GKT MAY BE USED
    WITH THIS APPLICATION AT MOUNTING PANEL.
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BACK PANEL
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4X 6-32 THREAD
[M4]

FRONT PANEL

RECOMMENDED MOUNTING HOLE

4X 6-32 THREAD
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FRONT PANEL
MOUNT

BACK PANEL
MOUNT

SCALE  5:4

DTM04-12PA-L012
AS AN EXAMPLE
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