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LET'S CONNECT

We make it easy to connect with our experts and are ready to
provide all the support you need. Just call your local support number or visit
www.te.com/industrial to chat with a Product Information Specialist.

Technical Support
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2\ HIGH-PERFORMANCE
. WIRE AND CABLE

THEPEREORMANCE CHOICE FOR
. HARSHEST ENVIRONMENTS

QUICK REFERENCE GUIDE

High Performance
* Meet your application challenges . .. from harsh to harshest
» Compatible with full range of connectors and

harnessing components

te.com/WireCable Space and Weight Savings

* Wide range of advanced cross-linked insulations and jackets
» Choice of tin-, nickel-, or silver-plated copper/
copper alloy conductors

Raychem, SPEC 44, SPEC 55, Thermorad, TE, TE Connectivity and the TE connectivity (logo) are trademarks of the
TE Connectivity Ltd. family of companies. Other products, logos, and company names mentioned herein may be
trademarks of their respective owners.

While TE Connectivity (TE) has made every reasonable effort to ensure the accuracy of the information herein,
nothing herein constitutes any guarantee that such information is error-free, or any other representation, warranty

or guarantee that the information is accurate, correct, reliable or current. The TE entity issuing this publication
reserves the right to make any adjustments to the information contained herein at any time without notice. All
implied warranties regarding the information contained herein, including, but not limited to, any implied warranties of
merchantability or fitness for a particular purpose are expressly disclaimed. The dimensions herein are for reference
purposes only and are subject to change without notice. Specifications are subject to change without notice.

Consult TE for the latest dimensions and design specifications.

© 2016 TE Connectivity Ltd. family of companies All Rights Reserved.
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Temperature

Product Family Conductor Sizes (AWG) Range (°C) Insulation Material Voltage (V) Conductor Options Colors
SPEC 44 (AS81044) Military Aerospace 26 to 1/0 -65 to 150 Radiation-Cross-Linked PVDF 600/1000/2500 Tin-Plated Copper Nickel-Plated Copper / Alloy Silver-Plated Copper / Alloy All
Commercial Aerospace o . . . .
SPEC 55 (AS22759) In-Flight Entertainment 30 to 4/0 -65 to 200 Radiation-Cross-Linked ETFE 450/600/1000 Tin-Plated Copper Nickel-Plated Copper / Alloy Silver-Plated Copper / Alloy All
Space Applications
SPEC 80 Satellites 30 to 4/0 -65 to 200 Radiation-Cross-Linked Flexible ETFE 600/1000/2000* Tin-Plated Copper Nickel-Plated Copper / Alloy Silver-Plated Copper / Alloy All
SHF-260 HeE';‘;?r‘?éirs 24 to 4/0 -65 t0 260 Modifed PFA 1000 Nickel-Plated Copper Black and White

Product Family Conductor Sizes (AWG) T;'::;e'a(?":')e Insulation Material Voltage (V) Conductor Options Colors
ZHPCG / ZHI (Class 5 & 1.5 mm? to 400 mm? 4510 125 Radiation-Cross-Linked Halogen-Free 600/1000/1900/3000 Tin-Plated Copper — — Black
Class 6) Polyolefn
FRD25S Military Naval Applications 8 to 4/0 -55 to 125 Flexible Diesel-Resistant Polyester Blend 1000 Tin-Plated Copper — — Black
Military Electronics
10603 Shlpbsoar;j Weapon t4to 43/5003&%330 and -55 to 125 Thermorad Dual Insulation 600 Tin-Plated Copper — — Black
ystems
SPEC 44/44M Sh'pb°a’gé‘t’$‘;“”'ca"°” 30to 1/0 -65 to 150 Radiation-Cross-Linked PVDF 600/1000/2500 Tin-Plated Copper Nickel-Plated Copper / Alloy Silver-Plated Copper / Alloy MIL-STD-681
Ofshore Marine
Applications See Def Stan 61-12 Part 18 for - ) ) )
SPEC 99M Umbilicals / Tethers construction available sizes -40 to 120 Radiation-Cross-Linked Modifed Polyester 600/1000 Tin-Plated Copper — — MIL-STD-681
Drilling and Pumping
Equipment
100G (VG-95218-Type 20 30 to 4/0 55 to 125 Halogen-Free Polymer 750/1300 Tin-Plated Copper MIL-STD-681

to Type 23)

Temperature

Product Family Conductor Sizes (AWG) Range (°C) Insulation Material Voltage (V) Conductor Options Colors
ZHPCG / ZHI (Class 5 & 1.5 mm? to 400 mm?2 -4510 125 Radiation-Cross-Linked Halogen-Free 600/1000/1900/3000 Tin-Plated Copper — . Black
Class 6) Polyolefn
SPEC 44 (AS81044) 26 to 1/0 -65 to 150 Radiation-Cross-Linked PVDF 600/1000/2500 Tin-Plated Copper Nickel-Plated Copper / Alloy Silver-Plated Copper / Alloy MIL-STD-681
SPEC 55 (AS22759) 30 to 4/0 -65 to 200 Radiation-Cross-Linked ETFE 450/600 Tin-Plated Copper Nickel-Plated Copper / Alloy Silver-Plated Copper / Alloy MIL-STD-681
SPEC 80 M”g&“g‘r’su%it/‘z;; s 30 to 4/0 -65 to 200 Radiation-Cross-Linked Flexible ETFE 600 Tin-Plated Copper Nickel-Plated Copper / Alloy Silver-Plated Copper / Alloy MIL-STD-681
SHF-260 Wheeled and Tracked 24 to 4/0 -65 to 260 Modifed PFA 1000 — Nickel-Plated Copper — White and Black
Vehicles -65 to 200
PWR0113 Amphibious Vehicles 8 to 4/0 (3000+ hours) Fluoroelastomer 600 — Nickel-Plated Copper / Alloy — Black or Red Preferred
Heavy and Light Trucks - - - -
FRD25S 8 to 4/0 -55to 125 Flexible Diesel-Resistant Polyester 1000 Tin-Plated Copper — — Black
10603 14 to 4/0 and 250 and 350 MCM -55 to 125 Thermorad Dual Insulation 600 Tin-Plated Copper — — Black
1006 (\:S_T?/Zilfs_;ype 20 30 to 4/0 -55t0 125 Halogen-Free Polymer 750/1300 Tin-Plated Copper — — MIL-STD-681

*2000 V is available as nonstandard part. Consult TE.

Material Abrasion Resistance and Flexibility

Approvals/Specifcations

Specifcation TE Wire and Cable Types
SAE AS81044/5 to /13 81044/x
SAE AS22759/32 to /35 and 22759/41 to /46 22759/x

NEMA WC-27500

Specifc SPEC 44x and 55A parts ONLY

Defence Standard 61-12 Part 33/001 Issue 5

Specifc SPEC 55D parts ONLY

Defence Standard 61-12 Part 18 - Type 1

Specifc SPEC 44M and SPEC 99 ONLY

Defence Standard 61-12 Part 26 - All Types

Specifc SPEC 44D ONLY

VG 95218 Parts 20, 21, 22, 23, 1000

Specifc SPEC VG ONLY

NATO Stock Numbers (NSNs)

Exist for most standard constructions: check product ofering

Material Product Group Abrasion Resistance Flexibility
FDR25 FDR25 Fair Excellent
Thermorad Dual Insulation 10603 Good Good
XL Halogen Free Polyolefn ZHPCG Good Good
Modifed PFA SHF-260 Good Good
Fluoroelastomer PWR0113 Good Good
Radiation-Cross-Linked PVDF SPEC 44 Very Good Fair-Good
XL ETFE SPEC 55 Very Good Fair-Good
XL Flexible ETFE SPEC 80 Very Good Good
XL ETFE VG-95218-Type 20 to Type 23 Very Good Fair
Radiation-Cross-Linked PVDF VG-95218-Type 20 to Type 23 Very Good Fair-Good

Raychem Specifcation SPEC 55, 55A, 55PC

Covers all base SPEC 55 products

Raychem Specifcation SPEC 44

Covers all base SPEC 44 products

Boeing Spec BMS13-48

Specify SPEC 55PC parts ONLY

Airbus ABS 0820 through to 0826

Specifc SPEC 55K ONLY

European Space Agency 3901/012, 3901/020 and 3901/022

Specifc SPEC 55 and SPEC 99 ONLY




