
NEED PRODUCT 
GROUP PHOTOTE Connectivity’s (TE) Potter & Brumfield solid state relays are 

featured in Industrial applications, where silent, fast and long electrical 

life in switching is required. They are used in heating, power, lighting 

and motion applications. Solid state relays can operate with very low 

operating times (make/bounce) with practically no limit on number 

of switching cycles. These are best suited for fast and high switching 

cycle requirements. Solid state relays offer a longer electrical life 

since they do not contain any moving parts.

Benefits

• Long electrical life

• Silent operation

• Shock and vibration resistance

• Low power consumption

• Fast switching

• Low electrical noise

POTTER & BRUMFIELD 
SOLID STATE RELAYS

SSR, SSRD and SSRT Series

Applications
Motion Control

• Conveyer systems

• Solenoid

• Valve controls

Heating Control

• Plastic molding machinery

• HVAC & Refrigeration

• Professional food equipment

Power Control

• Power supplies

• Invertors

• Convertors

• UPS systems

Electrical
• 240V AC and 480V AC outputs 

• 25, 50, & 125A rms versions

• 1 form A and 2 form A configurations

• Zero or random voltage turn-on version

Mechanical
• Standard “hockey puck” package

• Relay mounting type: Chassis Mount

• Coupling: Optical

Specifications
• UL approval: E29244

Materials
• Aluminum clad for heat dissipation 

• UL 94-V0 engineering plastics
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Part Number Part Code Description

1393030-4 SSR-240A25 25A, 240V AC with AC input

1393030-5 SSR-240A50 50A, 240V AC with AC input

1-1393030-3 SSR-480A125 125A, 480V AC with AC input

5-1393030-0 SSR-480A25 25A, 480V AC with AC input

4-1393030-5 SSR-480A50 50A, 480V AC with AC input

1393030-6 SSR-240D125 125A, 240V AC with DC input

1393030-7 SSR-240D25 25A, 240V AC with DC input

1393030-8 SSR-240D25R 25A, 240V AC, random switching with DC input

1-1393030-0 SSR-240D50 50A, 240V AC with DC input

2-1393030-9 SSR-480D125 125A, 480V AC wiith DC input

3-1393030-0 SSR-480D25 25A, 480V AC with DC input

3-1393030-1 SSR-480D50 50A, 480V AC with DC input

Part Number Part Code Description

1-1393030-4 SSRD-240D25 2 NO, 240V AC, 25A DC Input

1-1393030-6 SSRD-240D40 2 NO, 240V AC, 40A DC Input

4-1393030-0 SSRD-240DE25 2 NO, 240V AC, 40A, 15V-32V DC Input

1-2319263-4 SSRD-240DE40 2 NO, 240V AC, 40A, 15V-32V DC Input

Part Number Part Code Description

1-1393030-9 SSRT-240A10 240V AC, 10A, TRIAC Output with AC Input

2-1393030-0 SSRT-240A25 240V AC, 25A, TRIAC Output with AC Input

2-1393030-1 SSRT-240D10 240V AC, 10A, TRIAC Output with DC Input

2-1393030-2 SSRT-240D25 240V AC, 25A, TRIAC Output with DC Input

Product Selection Information
SSR Series - Solid State Relay, Paired SCR Output

SSRD Series - Dual Solid State Relay

SSRT Series - Solid State Relay, TRIAC Output

SOLID STATE RELAYS - SSR, SSRD, SSRT SERIES

For more part numbers see the SSRT Series data sheet on te.com

For more part numbers see the SSRD Series data sheet on te.com

For more part numbers see the SSR Series data sheet on te.com

http://www.te.com/usa-en/product-1393030-4.html
http://www.te.com/usa-en/product-1393030-5.html
http://www.te.com/usa-en/product-1-1393030-3.html
http://www.te.com/usa-en/product-5-1393030-0.html
http://www.te.com/usa-en/product-4-1393030-5.html
http://www.te.com/usa-en/product-1393030-6.html
http://www.te.com/usa-en/product-1393030-7.html
http://www.te.com/usa-en/product-1393030-8.html
http://www.te.com/usa-en/product-1-1393030-0.html
http://www.te.com/usa-en/product-2-1393030-9.html
http://www.te.com/usa-en/product-3-1393030-0.html
http://www.te.com/usa-en/product-3-1393030-1.html
http://www.te.com/usa-en/product-1-1393030-4.html
http://www.te.com/usa-en/product-1-1393030-6.html
http://www.te.com/usa-en/product-4-1393030-0.html
http://www.te.com/usa-en/product-1-2319263-4.html
http://www.te.com/usa-en/product-1-1393030-9.html
http://www.te.com/usa-en/product-2-1393030-0.html
http://www.te.com/usa-en/product-2-1393030-1.html
http://www.te.com/usa-en/product-2-1393030-2.html
http://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Data+Sheet%7F1308242_SSRT%7F1117%7Fpdf%7FEnglish%7FENG_DS_1308242_SSRT_1117.pdf%7F1-1393030-9
http://www.te.com/usa-en/home.html
http://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Data+Sheet%7F1308242_SSRD%7F1117%7Fpdf%7FEnglish%7FENG_DS_1308242_SSRD_1117.pdf%7F1-1393030-4
http://www.te.com/usa-en/home.html
http://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Data+Sheet%7F1308242_SSR%7F1117%7Fpdf%7FEnglish%7FENG_DS_1308242_SSR_1117.pdf%7F3-1393030-1
http://www.te.com/usa-en/home.html
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SSR Series

SSRD Series

SSRT Series
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Dimensions
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