
TE Connectivity’s (TE) Potter & Brumfield Solid State Relays SSRDC 

Series utilizes DC switching technology with low power dissipation 

FETs which includes optical coupling. The SSRDC Series is used in 

DC load applications, which provides reliable DC switching up to 40A 

and operating voltages up to 200V. Heat sink mounting to maintain 

base temperatures and load conditions, is recommended.

Benefits

• Provides low power dissipation  

to extend electrical life

• Achieves high Pulse Width Modulation 

with low switching times when providing 

power to devices

POTTER & BRUMFIELD 
SOLID STATE RELAYS

SSRDC Series

Applications
Industrial Machinery

• Material Handling Equipment

• Cranes

Transportation 

• Trains

• Construction Equipment

Building Control

• Access Control

Electrical
• 12A, 25A and 40A load current

• 200V DC operating voltage

• DC input control

• 1500V DC optical isolation

• FET output

Mechanical
• Standard hockey puck package

• Relay mounting type: Chassis Mount

• Coupling: Optical

Specifications
• UL approval: E29244

Materials
• Aluminum base for heat dissipation

• UL 94-V0 engineering plastics
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Part Number Part Code Description

2330274-1 SSRDC-200D12 12A, 200V DC WITH DC INPUT

2330274-2 SSRDC-200D25 25A, 200V DC WITH DC INPUT

2330274-3 SSRDC-200D40 40A, 200V DC WITH DC INPUT

Product Selection Information
SSRDC Series - Solid State Relay

POTTER & BRUMFIELD SOLID STATE RELAYS - SSRDC SERIES

For more part numbers see the SSRDC Series data sheet on te.com

SSRDC Series

*Overall height dimensions includes with clear cover  
  Dimensions in mm

Dimensions

http://www.te.com/usa-en/product-2330274-1.html
http://www.te.com/usa-en/product-2330274-2.html
http://www.te.com/usa-en/product-2330274-3.html
http://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Data+Sheet%7FSSRDC%7F0218%7Fpdf%7FEnglish%7FENG_DS_SSRDC_0218.pdf%7F2330274-3
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