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1.Applicable Products
i BE BRES (mm?) BRAWHEENME {mm)
Product Part No. Applicable Wire Applicable Insulation Diameter
Y -av4sk 1376174-3 0.089~0.24 0.8~17
Receptacle
Contact 1376175-L] 0.14~0.38 1.56~23
2. BREHR
2.Applicable Wire
BHEYAX) BRER(FE /&) ATEETE T BEEENE BRRE
Wire Sizes Wire Strand Composition | Applicable Wire | Insulation Outer | Applicable
mm? (AWG) (No. / Dia.) (mm?) Diameter Specificaion
(mm)
0.08 (#28) 7/0127 0.089 0.92 UL3443
0.14 (#26) 7/0.16 0.14 1.30 UL3443
0.24 (#24) 19/0.127 0.24 1.60 UL3239
0.22 (#24) 11/0.16 0.22 2.2 UL3239
0.38(#22) 19/0.16 0.38 1.8 UL3239
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3.Crimping Requirements

®

Fig. 1
L~ Fig. 2
No m H RO (e
' Checking ltems Specified Limit
5] [y
@ BRIELE RS 2.0£0.5mm
Insulation Stripping Length
hy bFT7HTRSE .
@ Cut-off Tab Length 0.5mmELFMax.
R RT7yF ot
® Bend-up 5° LIF,/Max.
Ry RFD Y o
@ Bend-down 5° LI'F./Max.
VAR o
© Twisting 37 LUF/Max.
A—y>s
® )27 5° LIF ./ Max.
Rolling
SERO SR (TSRESBRMSRBE L TWATHAIE
@ BREREHLES EEELM, 0.5mmLLTFTHBI &,
Wire End rotrusion Length Tip of wire shall protrude from wire barrel crimp,but
shall not exceed 0.5mm.
M-
. . . _ i 1.65mm LIF /Max.
Aialb—a NV IVE M-Type
Insulation Barrel Width L-#47
2.75mm LIF /Max.
L-Type
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