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POSITION OF CONTACT POINT ON BOARD; DEVIATION £0.4

Konfaktierung zur Drahtmitte um O0.7mm versefzt
CONTACTING 0.7mm DISPLACED TO W IRE CENTRELINE

Konfakftkammer-Nr.
CONTACT CAVITY #

Firmenlogo und Leergeh Guse-Nr.
ARTW ORK LOGO AND HOUSING # (NON LOADED)

Kodersteg zwischen Kammer Nr.1&?7
KEYING RIB BETWEEN CAVITY Nr. 2 & 3

Ausf Ghrung nach DIN 60249-2-4
BOARD DESIGN ACCORDING TO DIN 60249-2-4

Crimp Konfakt-Nr.:
Maferial: CuSnk

CRIMP CONTACT #
MATERIAL: CuSnk

926770-1, 926917-1

SQUARE HOLE 2X2 mm OPTIONAL LOCKING HOLE $2.5 mm

Sthematische Darstellung des MT-Edge Gehauses
mit geschlossenem Deckel

A SCHEMATIC DESCRIPTION OF MT-EDGE HOUSING
W ITH CLOSED LID

MATERIAL ACCORDING TO IEC 60335-1 (INCLUDING GW T 750° C NO FLAME)
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