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Tyco Electronics is the world’s largest passive electronic components manufacturer, and

a world leader in cutting-edge wireless technologies, fibre optic active components, and

complete power systems. The company has facilities located in 51 countries serving

customers in the aerospace, automotive, computer, communications, consumer

electronics, industrial and power industries.  

Tyco Electronics provides advanced technology products from over thirty well-known and

respected product brands, including Agastat, Alcoswitch, AMP, AMP NETCONNECT,

Buchanan, CII, CoEv, Critchley, Elcon, Elo TouchSystems, HTS, M/A-COM,

Madison Cable, OEG, Potter & Brumfield, Raychem, Schrack, Simel and TDI Batteries.

Tyco Electronics’ product portfolio now includes a comprehensive range of

passive components, including surface mount and leaded resistors, trimmers,

potentiometers, PTC and NTC surface mount thermistors, as well as a wide range

of inductive products covering wirewound, metal film surface mount, ceramic and

ferrite bead. 

A range of SMD Multi Layer Ceramic Capacitors (MLCC) and SMD Tantalum Capacitors

completes the Passive Components product portfolio.

The Holsworthy range of precision resistors meets the requirement for economically

priced components for both industrial and military applications. In SMD and leaded

packages, with tolerances down to 0.05% and TCRs as low as 5ppm, the Holsworthy

range from Tyco Electronics delivers the “Complete Precision Portfolio”.

For all trimming solutions, the Citec brand is the ideal design partner where your

circuit requires sealed or unsealed trimmers from just 2mm square. Multiturns for

precision trimming are available with 11 or 12 turn setability. Further, the Citec brand

offers a prestigious range of potentiometers, from single and multiturn versions

with cermet or carbon elements, through to switched options with shafts in either

plastic or metal.

CGS high power and high voltage resistors are rated up to 100W with voltage proof to

50kV and are available in a wide variety of package styles. High power and pulse

resistors in the CGS range are capable of dissipating up to 25,000 Watts for

applications such as regenerative braking and power supplies.

The Neohm range of general purpose resistors is available with SMD and Leaded

devices. This wide range of products compliments and supports the Passives range

available from the Tyco Electronics portfolio.
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Choosing the right
Passives Device

FIXED
RESISTORS

SMD /
LEADED

SMD

ELEMENT

LEADED

ELEMENT

THIN FILM THICK FILM WIRE

WATTAGE WATTAGE WATTAGE

CPF

MRS

RN73

RP73

CPG SU

THIN FILM WIRE

WATTAGE WATTAGE

H2

H4

H4P

H8

CR

ER

YP

KC

KNP

KNP4

UPW

Other parameters to be aware of:

Component Size
Power Rating Required

Pin Configuration
Voltage Rating

Temperature Coefficient
Resistance Tolerance

Current Rating
Ohmic Value Range

PRECISION
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Precision Resistors

Value Max Lowest Tightest
Range Power TCR Tolerance Family Page

5R11 - 470K 0.125W 5ppm 0.01% RN73 6-7
5R1 - 5M0 0.25W 10ppm 0.1% RP73 8-9
4R7 -1M0 0.125W 15ppm 0.1% CPF 10-11
10R - 4M7 0.125W 50ppm 0.5% CPG 12-13
1R - 2M0 0.5W 10ppm 0.005% SU 14-15

10R - 330K 0.063W 25ppm 0.10% MRS 16
1R0 - 4M0 1W 5ppm 0.05% Holco 17-19
4M0 - 10M 1W 25ppm 0.10% H2 20
10R - 1M0 0.5W 15ppm 0.10% R 21
R10 - 275K 14W 20ppm 0.01% KC 22
R10 - 2M0 0.5W 5ppm 0.005% UPW 23

The well established Holsworthy (Holco) range of precision resistors encompasses

technology in Thin Film (Metal Film), Wirewound and Thick Film technologies. Products

are available in both surface mount and leaded styles ranging from small 0402 size chip

resistors to 14 watt leaded devices, thereby combining precision technologies and

requirements for power in a range of products.

Additionally many of these products are offered with low MOQ’s making these products

available to a very wide range of customers.

■ Surface mount products down to 0402 size

■ Tolerances to 0.01%, TCR to 5ppm

■ Standard range high precision surface mount at 0.1% 10ppm available
from catalogue distribution

■ Some products released to BS CECC specifications

■ Small quantities available on many parts

■ “Holco” leaded resistors (H8, H4, H4P) can also be offered with tolerance
and TCR matching of resistors in sets

■ Wirewound precision available up to 14 watt power rating
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Key Features
■ High Precision -

TCR 5ppm/°C and 10ppm/°C

■ Tolerance of 0.1%

■ Thin Film (Nichrome)

■ Choice of Packages
(0805 STD)

■ Stable High Frequency 
Performance

■ 100V DC Operating Voltage

■ Temperature Range
-55°C to +125°C

Type RN73 Series

The RN73 Resistor Series is a high

stability precision chip resistor range

offering various power dissipations

relating to chip size, TCR's down to

5ppm/°C and resistance tolerances to

0.1%. The resistor is produced with

three sputtered layers giving optimum

performance. Values are restricted to

the E96 and E24 value grids. The

RN73 Resistor has accurate and

uniform physical dimensions to

facilitate placement.

Characteristics -
Electrical

0402 (1E) 0603 (1J) 0805 (2A) 1206 (2B)
Rated Power: 0.063W 0.063W 0.1W 0.125W
Maximum Working Voltage: 25V 50V 100V 150V
Maximum Overload Voltage: 50V 100V 200V 300V
Working Temperature Range: -55°C ~ +125°C
Rated Ambient Temperature: 70°C

Resistance
Value Range

Package Package T.C.R. Resistance Range
Size Code (ppm/°C) E-24, E-96 series
0402 1E C (±10) 47R - 100K
0603 1J C (±10) 10R - 270K *
0805 2A A (±5) 10R - 150K
0805 2A C (±10) 5R11 - 470K  *
1206 2B A (±5) 5R11 - 470K
1206 2B C (±10) 5R11 - 470K  *

Tolerances greater than 0.1% previously supplied under the RN73 Series, are now branded CPF. 
Please request the CPF Series datasheet.

TCR’s greater than 10ppm previously supplied under the RN73 Series, are now branded CPF.
Please request the CPF Series datasheet.

* Limited value range available in non RoHS compliant version

Power Derating Curve
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For temperatures in excess of 70°C the load shall be derated in accordance with this curve.
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Precision Resistors

Dimensions

RN73 C 2A 100K B TDF

Common Part

A - ±5ppm/°C

C - ±10ppm/°C

Temp. Coefficient Chip Size
RN73 - High

Precision Resistors
(RoHS Compliant)

NR73 - High
Precision Resistors

(Non RoHS Compliant) 

1E - 04:02

1J - 06:03

*2A - 08:05

2B - 12:06

*Preferred Stock Item

Resistance Value

B ±0.1%

Tolerance Pack Quantity
100 ohms

(100 ohms) 100R

1 K ohm
(1000 ohms) 1K0

100 K ohm
(100000 ohms) 100K

TG - Cut Tape
Lengths (1J, 2A only)

TDF - 1000 (Paper)
(2A only)

TD - 5000 (Plastic)

How to Order

Type L ±0.2 W ±0.2 D d ± 0.2 H ± 0.1
RN73 1E 1.0 0.5 0.2 0.2 0.35
RN73 1J 1.6 0.8 0.3 ± 0.2 0.3 0.4
RN73A* 2.0 1.25 0.4 ± 0.2 0.3 0.5
RN73B 3.2 1.6 0.5 ± 0.3 0.4 0.6

0.1

LD

W

H

d
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SMD Precision Resistors

Type RP73 Series

Key Features
■ High Precision - TCR 

10ppm/°C

■ Tolerance Down to 0.05%

■ Wider Resistance Value 
Options

■ Supplied on Reels of
1000 or 5000

■ Thin Film (Nichrome)

■ Stable High Frequency
Performance

■ 200 V DC Operating Voltage

■ Temperature -55°C to +155°C

Type RP73 Series

The RP73 Resistor Series is a stable

thin film chip resistor range offering

various power dissipation relating to

chip size. The resistor is produced with

three print layers for longer life and

optimum performance. Values are

restricted to E96 and the RP73 Resistor

has accurate and uniform physical

dimensions to reduce placement

problems. The range is constantly

being extended. Due to special

technology used to produce tight

tolerance, low TCR at high values the

RP73 Resistor is not individually

part marked.

Power Derating Curve

Characteristics -
Electrical

T.C.R's Available per Resistance Value (ppm/°C)
Type 5R1 - 10R 10R1 - 47R 47R1 -332K 332K1 - 1M0 1M1 - 5M

RP73 1J - 25/50 10/15/25/50 - -
RP73 2A - 25/50 10/15/25/50 10/15/25/50 -
RP73 2B 50 25/50 10/15/25/50 10/15/25/50 50

Tolerances Available per Resistance Value (%)
Type 5R1 - 10R 10R1 - 100R 101R1 -332K 332K1 - 1M0 1M1 - 5M

RP73 1J - 0.1/0.25/0.5/1.0 0.1/0.25/0.5/1.0 - -
RP73 2A - 0.1/0.25/0.5/1.0 0.05/0.1/0.25/0.5/1.0 0.1/0.25/0.5/1.0 -
RP73 2B 1.0 0.1/0.25/0.5/1.0 0.05/0.1/0.25/0.5/1.0 0.1/0.25/0.5/1.0 0.25/0.5/1.0
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Power Rating Max. Working
Type @ 70°C Voltage

RP73 1J 0.065 W 30V
RP73 2A 0.125 W 75V
RP73 2B 0.250 W 200V

Long Term Stability 100R - 100K <100R1, 100K+
Storage 125°C/1000Hrs <0.15% <0.35%
Storage 155°C/1000Hrs <0.35% <0.50%
Load P70/70°C/1000Hrs <0.15% <0.50%
Damp Heat (56d/40°C/96%) <0.50% <0.75%

For resistors operated in ambient temperatures above 70°C, power rating must be derated in accordance with this curve.
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Precision Resistors
SMD Precision Resistors

Type RP73 Series (continued)

Handling Recommendations
When flow soldering - the land width must be smaller than the chip resistor width to properly control the solder application.
Generally, the land width can be chip resistor width (W) x 0.7 to 0.8.  When reflow soldering - solder application amount can
be adjusted.
Thus the land width can be set to W x 1.0 to 1.3.

RP73 C 2A 1K0 B TN

Common Part

C - 10ppm/°C

D - 15ppm/°C

F - 25ppm/°C

G - 50ppm/°C

Temp. Coefficient Package Size

RP73 -
Standard Part

1J - 06:03

2A - 08:05

2B - 12:06

Resistor Value

B - 0.1%

C - 0.25%

D - 0.5%

F - 1%

Tolerance Packaging
10 Ohm

(10 ohms)
10R

1K Ohm
(1000 ohms)

1K0

1 Meg Ohm
(1000000 ohms)

1M0

TN - 1000

TD - 5000

How to Order

Dimensions

Part Number L ±0.2 W C D t ±0.1
RP73 1J 1.6 0.8±0.1 0.3±0.1 0.3 ± 0.1 0.4
RP73 2A 2.0 1.25±0.2 0.4±0.2 0.3 ± 0.2 0.4
RP73 2B 3.2 1.6±0.2 0.5±0.2 0.4 ± 0.2 0.6

Solderability - 235°C 2 seconds
DIN IEC 68T2 - 20 Ta Meth. 1
Max Soldering Temperature - 260°C 10 seconds
DIN IEC 68 T2 - 20, Tb Meth. 1A

LD

W

t

C
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Thin Film Precision Chip Resistors

Type CPF Series

Key Features
■ Thin film precision resistors 

with TC's of 25 and 50ppm 
and tolerances to 0.1%.  
Applications in measurement, 
telemetry and for sensing
circuits.

■ Case sizes 0603, 0805, 1206

■ CPF chip resistors are
suitable for all applications 
where close accuracy and 
stability are essential

Type CPF Series

Precision metal terminations are screen

printed onto a ceramic base and fired.

The resistive element is sputtered and

fired and the passivation layer added.

The pre-scribed tile is broken into

strips, the end plating is fired on and

the strips broken into individual

components. Final termination is made

by electroplating.

Characteristics - 
Electrical

0603 0805 1206
Rated Power @ 70 °C (W) 0.063 0.1 0.125
Resistance Range (Ohms) Min 100 10 100 100 10 100 49.9 10 10

Max 332K 97R6 360K 1M0 97R6 1M0 1M0 1M0 1M0
Tolerance (%) 0.1 0.5 0.1 0.5 0.1 0.5
Code letter B D B D B D
Selection Series E24 - E96
Temperature Coefficient (ppm/°C) -25 -50 -25 -25 -50 -25 -25 -50
Code Letter E C E E C E E C
Limiting Element Voltage (V) 60 100 150
Maximum Overload Voltage (V) 120 200 300
Operating Temperature Range (°C) -55 to +125
Climatic Category (°C) 55/125/56
Insulation Resistance Dry Min 10000
(Mohms)
Stability (%) 0.5

Dimensions

Style L W t a b
0603 1.6 ± 0.1 0.8 ± 0.1 0.45 ± 0.1 0.25 ± 0.1 0.2 ± 0.1
0805 2.0 ± 0.2 1.25 ± 0.2 0.5 ± 0.1 0.4 ± 0.2 0.3 ± 0.2
1206 3.1 ± 0.2 1.55 ± 0.2 0.55 ± 0.1 0.45 ± 0.2 0.3 ± 0.2
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Precision Resistors
Thin Film Precision Chip Resistors

Type CPF Series (continued)

Performance Characteristics
The evaluation of the performance characteristics is carried out with reference to IECQ
specifications QC 400 000 and QC 400 100.

Storage
Unopened reels should be stored within a temperature range of +5°C to +25°C, separated from any dust, chemicals and
solvent based materials. Non-adherence to this procedure could affect the solderability of this product.

TEST REF Long Term Tests ±(0.5% + 0.05 ohm)
4.23 Climatic sequence
4.24 Damp heat, steady state
4.25.1 Endurance at 70 °C
4.25.3 Endurance at 125 °C
TEST REF Short Term Tests ±(0.5% + 0.05 ohm)
4.13 Overload
4.32 Adhesion
4.33 Bond strength of end face plating
4.19 Rapid change of temperature
4.18 Resistance to soldering heat

Marking
E24 series resistors are marked with a three digit code.
E96 series resistors are marked with a four digit code.
0603 E96 series are unmarked.

Mounting
The resistors are suitable for processing on automatic insertion equipment.

How to Order

CPF 0603 B 1K13 E

Common Part

0603

0805

1206

Package Size

B - 0.1%

D - 0.5%

Tolerance Value

CPF - Chip Precision
Film Resistor

100 ohms
(100 ohms) 100R

1 K ohm
(1000 ohms) 1K0

100 K ohm
(100000 ohms) 100K

TCR

E - 25ppm

C - 50ppm
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Thick Film Precision Chip Resistors

Type CPG Series

Key Features
■ Case sizes 0603, 0805, 1206

■ A semi-precision thick film 
resistor with a temperature 
coefficient of 50ppm/°C and 
tolerance down to 0.5%.

■ CPG chip resistors are
suitable for most
applications, including high 
frequency operation, owing to 
the short lead structure and 
low capacitance.

■ Particularly suitable for use 
where low TC or tolerance 
are important at a low cost.

Type CPG Series

Precious metal terminations are screen

printed onto a ceramic base and fired.

The resistive element is screen printed

and fired and the passivation layer

added. Each resistor is trimmed to

tolerance by laser. The pre-scribed tile

is broken into strips, the end plating is

fired on and the strips broken

into individual components. Final

termination is made by electroplating.

Characteristics - 
Electrical

0603 0805 1206
Rated Power @ 70°C (W) 0.063 0.1 0.125
Resistance Range (Ohms) Min 100 10 100 1M1 10 10 10 10

Max 1M1 91 1M0 3M3 3M3 3M3 4M7 4M7
Tolerance (%) 0.5 1 0.5 1 0.5 1
Code letter D F D F D F
Selection Series E24 - E96
Temperature Coefficient (ppm/°C) -50 -100 -50 -100 -50 -50 -50 -50
Code Letter C D C D C C C C
Limiting Element Voltage (V) 50 150 200
Maximum Overload Voltage (V) 100 300 400
Dielectric Strength Min (V) 100 300 400
Operating Temperature Range (°C) -55 to +125
Climatic Category 55/125/56
Insulation Resistance Dry Min 1000(Mohms)
Stability (%) 0.5
Surface Temperature 400Rise Max (°C)

Dimensions

Style L W t a b
0603 1.6 ± 0.1 0.85 ± 0.1 0.45 ± 0.1 0.25 ± 0.1 0.3 ± 0.1
0805 2.0 ± 0.1 1.25 ± 0.1 0.6 ± 0.1 0.4 ± 0.2 0.4 ± 0.2
1206 3.2 ± 0.15 1.6 ± 0.15 0.66 ± 0.1 0.5 ± 0.25 0.5 ± 0.25
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Precision Resistors
Thick Film Precision Chip Resistors

Type CPG Series (continued)

Performance Characteristics
The evaluation of the performance characteristics is carried out with reference to IECQ
specifications QC 400 000 and QC 400 100.

Storage
Unopened reels should be stored within a temperature range of +5°C to +25°C, separated from any dust, chemicals and
solvent based materials. Non-adherence to this procedure could affect the solderability of this product.

TEST REF Long Term Tests ±(0.5% + 0.1 ohm)
4.23 Climatic sequence
4.24 Damp heat, steady state
4.25.1 Endurance at 70°C
4.25.3 Endurance at 125°C
TEST REF Short Term Tests ±(0.5% + 0.05 ohm)
4.13 Overload
4.32 Adhesion
4.33 Bond strength of end face plating
4.19 Rapid change of temperature
4.18 Resistance to soldering heat

Marking
E24 series resistors are marked with a three digit code.
E96 series resistors are marked with a four digit code.
0603 E96 series are unmarked.

Mounting
The resistors are suitable for processing on automatic insertion equipment.

How to Order

CPG 0603 F 10R

Common Part

0603

0805

1206

Size

F- ±1%

D - ±0.5%

Tolerance Resistance Value

CPG - Thick Film
Precision Chip Resistor

10 ohms
(10 ohms) 10R

1K ohms
(1000 ohms) 1K0

100 K ohm
(100000 ohms) 100K

1M ohm
(1000000 ohms) 1M0
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SMD Precision Resistors

Type S Series

Key Features
■ Low Profile Design

■ Available on Tape
(3 Reel Sizes)

■ Very Wide Value Range

■ Ideal for Current Sensing

■ Up to 3.0 Watts Power

■ High TCR Versions
(to 6000ppm)

■ Stable to 5ppm/°C

Type S Series

Tyco Electronics Components intro-

duces a range of surface mount power

resistors to meet today's circuit design

needs. One design concept allows an

engineer to choose from three styles

(Lo Ohm, Power, or Ultra Precision)

while staying within the new standard

circuit board land pattern guidelines

now accepted by the wirewound

resistor industry. Each size offers low

profile case  design with flexible tinned

copper terminations for  reliable solder

joints. All styles utilise a fully welded

construction technique, unlike other

designs that rely solely on tinned

termination connections. These fea-

tures allow the S Series to withstand the

higher temperatures associated with

reflow, vapour phase, or infrared (IR)

manufacturing processes without

degradation.

Characteristics -
Electrical

"SP" Power "SU" Precision
Values S1/2: R06 - 1K4 ----
Values S1: R10 - 5K0 1R0 - 300K
Values S2: R10 - 10K 1R0 - 1 Meg
Values S3: R10 - 45K 1R0 - 2 Meg
Grid: E96 E192
Resistance Tolerances: 0.1% to 5%. 0.005% to 1%.
Power Rating @ 25°C S1/2: 0.75 Watts ----
Power Rating @ 25°C S1: 1.5 Watt 0.125 Watts
Power Rating @ 25°C S2: 2.5 Watts 0.250 Watts
Power Rating @ 25°C S3: 3.5 Watts 0.500 Watts
Derating: See Curve Below See Curve Below
Max. Operating Voltage S1/2: 33 Volts ----
Max Operating Voltage S1: 58 Volts 100 Volts
Max Operating Voltage S2: 127 Volts 300 Volts
Max Operating Voltage S3: 212 Volts 400 Volts

Temperature Coefficient
of Resistance

Environmental

Range (P) Power (U) Precision
R10 - R99 ±30ppm
1R0 - 10R ±20ppm ±25ppm
11R - 99R ±90ppm ±10ppm

100R and over ±50ppm ±10ppm

NB: High TCR Type Available to 6000ppm/°C

Typical ∆R
Solder Immersion: 260°C for 10 seconds. 0.1%
Load Life: 2000 hours at rated power at 25°C. 0.2%
Moisture Resistance: 240 hours with humidity ranging from 80% RH to 98% RH. 0.1%
Thermal Shock: -55°C for 15 minutes no load. 0.1%
Dielectric Withstand: 1000 Volts.
Short Term Overload: 5 times rated power for 5 seconds 0.1%
Solderability: 95% coverage within 1/16" of contact point. ----
Flammability: UL94V Rating. ----

Power Derating
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Precision Resistors
SMD Precision Resistors

Type S Series (continued)

Dimensions

Size Length Width Height Stand Off Pad Width Pad Length
(L) (W) (H) (S) (PW) (PL)

S 1/2 5.46 3.18 2.54 n/a 1.27 1.02
S1 6.48 3.81 2.84 0.50 1.27 1.25
S2 12.14 5.84 5.33 0.50 2.54 2.54
S3 15.24 7.00 6.48 0.50 2.29 1.27

PL

SL

W

H

PW

.006 FLAT LEAD THICKNESS

Type H J X Y
S 1/2 1.91 4.45 1.78 2.54

S1 3.43 5.97 2.03 2.54
S2 6.98 10.54 3.05 3.56
S3 10.42 14.78 2.80 3.56

Land Pattern

S U 1 1R0 J T

Common Part

P - Power

U - Precision

Resistor Type Case Size

S - Standard Part

1/2 - 5.5 x 3.2

1 - 6.5 x 3.8

2 - 12.1 x 5.9

3 - 15.3 x 7.0

Resistance Value

K ±10%

J ±5%

E ±3%

F ±1%

D ±0.5%

C ±0.25%

B ±0.1%

A ±0.05%

Q ±0.02%

T ±0.01%

Z ±0.005%

Absolute Tol.
at +25°C

Pack Style
0.1 Ohm

(100 milli ohms)
R10

1 Ohm
(1000 milli ohms)

1R0

1K Ohm
(1000 Ohms)

1K0

L - Loose Piece

R - S_1 500 pcs
7” Reel

S - S_1 1000 pcs
13” Reel

W - S_2 1000 pcs
13” Reel

How to Order

Cleaning Conditions

After soldering use cleaning solvents such as chlorosen, dyefreon, suitable aqueous or semi aqueous cleaner.

Storage

To prevent damage to the electrode, be sure to observe the following cautions for storage.

• Store in 40°C maximum ambient temperature, and 70% maximum R.H.
• For maximum possible shelf life do not disturb polythene sleeve until you are ready to use.
• Store where there are no harmful gases containing sulphur or chlorine.

Y

X

H

Y
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SMD Precision Thin Film Network

Type MRS Series

8

1

5

4

Key Features
■ Suitable for Tight Spaces

■ High Precision Thin Film

■ Wide Value Range

■ Lower Placement Costs

■ Range of Stabilities

■ Low Cost in Volume

■ High Reliability Design

Type MRS Series

The MRS series is an entirely new chip

network utilising nickel chrome

sputtering on high purity alumina. This

network has been designed for high

volume applications and is offered with

4 isolated resistors on a single

substrate (12.06 sizes) at 0.1% with

convex terminals. A wide value range

and alternative T.C.R's make this a

most versatile resistor solution.

Dimensions Schematic Layout

Characteristics -
Electrical

Resistance Range: 10R ~ 91R 100R ~ 33K 36K ~ 330K
Resistance Tolerance: ±0.5%, ±1% ±0.1%, ±0.5%, ±1% ±0.5%, ±1%
Temperature Coefficient of Resistance: ±50ppm/°C ±25ppm/°C ±100ppm/°C
Rated Power (Suitable Heatsink): 63mW / element 63mW / element 63mW / element
Selection Series: E24 E24 E24
Maximum Operating Voltage: 75V 75V 75V

MRS 100K B

Common Part

100 ohms
(100 ohms) 100R

1K ohm
(1000 Ohms) 1K0

100K ohm
(100000 ohms) 100K

Resistance Value

B ± 0.1%

D ±0.5%

F ± 1%

Tolerance

MRS - Precision Thin Film
Chip Network

How to Order

Power Derating Curve
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Dimensions
To prevent damage to the components conformal coating, the leads should be adequately supported during the forming process

L

d
D

H4P H4 H8
Body Length (L) maximum: 10.0 mm 10.0 mm 7.20 mm
Body Diameter (D) maximum: 3.70 mm 3.70 mm 2.50 mm
Lead Diameter (d) maximum: 0.60 mm 0.60 mm 0.60 mm
Lead Length (l) nominal: 30.0 mm 30.0 mm 30.0 mm
Recommended Mounting Pitch: 12.7 mm 12.7 mm 10.2 mm
Weight (g/100 resistors) 40 40 24

Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.
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Precision Resistors
Axial Leaded Precision Resistors

Type HOLCO Series

Key Features
■ Ultra Precision -

Down To 0.05%

■ Matched Sets Available
To 2ppm/°C

■ High Pulse Withstand

■ Low Reactance

■ Low TCR - Down To 5ppm/°C

■ Long Term Stability

■ Up To 1 Watt At 70°C

■ Released To CECC 40101 004, 
030 And 804

Type HOLCO Series

The Holco range of Precision Metal

Film Resistors meets the requirement

for economically priced components

for industrial and military applications.

The manufacturing facility utilises

closely controlled production process-

es including the sputter coating of

metal alloy films to ceramic substrates,

and laser spiralling to achieve close

tolerance and high stability resistors.

An epoxy coating is applied

for environmental and mechanical

protection. Commercially the Series is

available in two case sizes, from 1 ohm

to 4M ohms, tolerances from 0.05% to

1% and TCR's from 5ppm/°C to

100ppm/°C. Offered with release to BS

CECC 40101 004, 030 and 804 the H8

is available via distribution.

Temperature Coefficient / Tolerance Ranges

TCR H4P H4 H8
ppm/°C 0.05% 0.1%-0.25% 0.5%-1.0% 0.05% 0.1%-0.25% 0.5%-1.0% 0.05% 0.1%-0.25% 0.5%-1.0%

5 10R-500K 10R-500K 1R0-500K 10R-500K 10R-500K 1R0-500K 10R-500K 10R-500K 1R0-500K
10 10R-1M0 10R-1M0 1R0-1M0 10R-1M0 10R-1M0 1R0-1M0 10R-1M0 10R-1M0 1R0-1M0
15 10R-1M0 5R0-1M0 1R0-1M0 10R-1M0 5R0-1M0 1R0-1M0 10R-1M0 5R0-1M0 1R0-1M0
25 10R-1M0 5R0-2M0 1R0-2M0 10R-1M0 5R0-2M0 1R0-2M0 10R-1M0 5R0-2M0 1R0-2M0
50 10R-1M0 5R0-2M0 1R0-4M0 10R-1M0 5R0-2M0 1R0-4M0 10R-1M0 5R0-2M0 1R0-4M0
100 10R-1M0 1R0-2M0 1R0-4M0 10R-1M0 1R0-2M0 1R0-4M0 10R-1M0 1R0-2M0 1R0-4M0

Characteristics - 
Electrical

H4P H4 H8
BS CECC 40101 004
Style: K H J
Power Rating at 70°C: 0.25W 0.063W 0.125W
Temperature Rise (maximum): 32°C 14°C 28°C
Limiting Element Voltage: 250V 150V 200V
BS CECC 40101 030
Style: J H
Power Rating at 125°C: 0.125W 0.1W
Temperature Rise (maximum): 30°C 30°C
Limiting Element Voltage: 250V 200V
BS CECC 40101 804
Style: B A
Power Rating at 125°C: 0.25W 0.125W
Limiting Element Voltage: 350V 350V
Commercial Ratings
Power Rating at 70°C: 1.0W 0.5W 0.25W
Temperature Rise: 70°C 55°C 40°C
Limiting Element Voltage: 500V 300V 250V

Approved Value Ranges
40101-004, 40101-030, 40101-804

Type Style Style Z C D Y Style C D T
004 030 100ppm 50ppm 25ppm 15ppm 080 50ppm 25ppm 15ppm

H4 K J 10R-1M0 49R9-1M0 49R9-1M0 49R9-1M0 B 49R9-1M0 49R9-1M0 49R9-1M0
H8 HJ H 10R-1M0 10R-1M0 49R9-1M0 49R9-1M0 A 49R9-1M0 49R9-1M0 49R9-1M0

Tolerances 0.1%, 0.25%, 0.5%, 1%
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Axial Leaded Precision Resistors

Type HOLCO Series (continued)

Characteristics - 
Electrical

Typical Data Reference
Voltage Coefficient of Less Than n/a
Resistance (Between 10% 5ppm/Volt Applied
and Full Rated Voltage)
Insulation Resistance at Greater Than 1012 Ohms n/a
500 Volts
Resistance to Soldering Less Than 0.05% BS CECC 40101 004
Heat (260°C for 10 Secs.) Para 4.15.2
Short Term Overload Less Than 0.06% BS CECC 40101 004
(6.25 Times Rated BS CECC Para 4.11
Wattage for 5 Seconds)
Ambient Temperature -55°C to +155°C BS CECC 40101 004, BS CECC 40101 030
Range & Commercial
Rapid Change of Less Than 0.04% BS CECC 40101 004
Temperature Para 4.16
(-55°C to +155°C, 5 cycles)
Shelf Life Less Than 0.05% Per Annum n/a
(at Normal Room Temp.)
Vibration Less Than 0.04% BS CECC 40101 004
(10-500 HZ,Amplitude 0.75mm, Para 4.19
or Acceleration 98m/s2 which
is less severe, sweep duration
6 hours)
Vibration Less Than 0.04% MIL STD 202
(55-2000 Hz Simple Harmonic METHOD 204-C
Motion, Max.Acceleration
98m/s2, Duration 35±5 Minutes)
Bump (390m/s2, 4000 Bumps) Less Than 0.03% BS 2011 Part 2.1 Eb 1977 (1984)
Load Stability See Graphs n/a
Damp Heat Steady State See Graph BS CECC 40101 004

Para 4.21

General Data

Lead Material: Solderability to BS CECC 40101 004 Para 4.15.1
Encapsulation: Conformal Epoxy Coating
Resistor Marking: Legend printed in accordance with CECC 40000 Para 2.4
Solvent Resistance: The epoxy coating and print will withstand the action of all commonly

used industrial cleansing solvents
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Precision Resistors
Axial Leaded Precision Resistors

Type HOLCO Series (continued)

Characteristics - 
Long Term Stability

Long Term Stability
Commercial

Ratings at 125°C
H4P - 1W
H4 - 0.5 W
H8 - 0.25 W

Damp Heat Steady State
93% RH at 40°C

H8 100R B Y B R

Common Part
1.0 ohm

(1000 milli ohms) 1R0

10 ohm
(10 ohms) 10R

100 ohm
(100 ohms) 100R

1K 0hm
(1000 ohms) 1K0

10K ohm
(10000 ohms) 10K

100K ohm
(100000 ohms) 100K

1M ohm
(1000000 ohms) 1M0

Resistance Value Tolerance

H4P

H4

H8

A - 0.05%

B - 0.1%

C - 0.25%

D - 0.5%

F - 1.0%

T.C.R. Code

A - Part can only be sold
with Commercial
or C of C release.

B - Part can be sold to BS
CECC 40101 004,

BS CECC 40101 030,
Commercial or C of C

release.

D - Part can be sold to all
above approvals and BS

CECC 40101 804

Release Factory Stock
Code

A - 5ppm

B - 10ppm

Y - 15ppm

D - 25ppm

C - 50ppm

Z - 100ppm

Batch Code

How to Order

Long Term Stability
BS CECC 40101 004

Ratings at 70°C
H4 - 0.25 W
H8 - 0.125 W

Long Term Stability
BS CECC 40101 030

Ratings at 125°C
H4 - 0.125 W
H8 - 0.1 W

Derating Graph - 
Approved and Commercial Ratings
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Axial Leaded Precision Resistors

Type H2 Series

Key Features
■ Tolerances - Down To 0.1%

■ High Pulse Withstand

■ Low TCR - Down To 25ppm/°C

■ Long Term Stability

■ Up To 1 Watt at 70°C

Type H2 Series

The H2 range of Precision Metal Film

Resistors meets the requirement for

economically priced components for

industrial and military applications. The

manufacturing facility utilises closely

controlled production processes

including the sputter coating of metal

alloy films to ceramic substrates, and

laser spiralling to achieve close

tolerance and high stability resistors.

An epoxy coating is applied for

environmental and mechanical

protection.

General Data

Lead Material: Solderability to BS CECC 40101 004 Para 4.15.1

Encapsulation: Conformal Epoxy Coating

Resistor Marking: Legend printed in accordance with CECC 40000 Para 2.4

Solvent Resistance: The epoxy coating and print will withstand the action of all commonly
used industrial cleansing solvents

Temperature Coefficient /
Tolerance Ranges

TCR ppm/°C 0.1%-0.25% 0.5%-1.0%

25 4M0-5M0 4M0-5M0

50 4M0-10M 4M0-10M

100 4M0-10M 4M0-10M

Characteristics - 
Electrical

Power Rating at 70°C: 1.0W

(Derates to zero at 155°C)

Temperature Rise: 65°C

Limiting Element Voltage: 350V

Electrical

Typical Data

Voltage Coefficient of Resistance Less Than 5ppm/Volt Applied
(Between 10% and Full Rated Voltage)

Insulation Resistance at 500 Volts Greater Than 1012 Ohms

Resistance to Soldering Less Than 0.05%
Heat (260°C for 10 Secs.)

Short Term Overload (6.25 Times Rated Less Than 0.06%
BS CECC Wattage for 5 Seconds)

Ambient Temperature Range -55°C to +155°C

Rapid Change of Temperature Less Than 0.04%
(-55°C to +155°C, 5 cycles)

Shelf Life (at Normal Room Temp.) Less Than 0.05% Per Annum

Vibration (10-500 HZ,Amplitude 0.75mm, Less Than 0.04%
or Acceleration 98m/s2 which is less
severe, sweep duration 6 hours)

Vibration (55-2000 Hz Simple Less Than 0.04%
Harmonic Motion, Max.Acceleration
98m/s2, Duration 35±5 Minutes)

Bump (390m/s2, 4000 Bumps) Less Than 0.03%

H2 4M0 B D A R

Common Part

4M ohm
(4000000 ohms) 4M0

Resistance Value Tolerance

H2

B - 0.1%

C - 0.25%

D - 0.5%

F - 1.0%

T.C.R. Code

A - Part can only be
sold with Commercial

or C of C release.

Release Factory Stock
Code

D - 25ppm

C - 50ppm

Z - 100ppm
Batch Code

How to Order

L

d
D

Dimensions
To prevent damage to the components conformal coating, the leads should be adequately supported during the forming process

Body Length Body Diameter Lead Diameter Lead Length Recommended Weight
(L) maximum (D) maximum (d) maximum (l) nominal Mounting Pitch (g/100 resistors)

15.5 mm 5.50 mm 0.80 mm 30.0 mm 18.4 mm 115
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Precision Resistors
Precision Metal Film Fixed Resistors

Type R Series

L

d
D

25 min

Key Features
■ Precision metal film resistors 

with tolerance to 0.1% and
temperature coefficients to 
15ppm.

■ Metal film resistors have 
excellent stability under load 
and severe environmental 
conditions. They exhibit very 
low noise current and voltage 
coefficients. Precision metal 
film resistors are particularly 
suitable in all applications 
where long-term stability is 
important.

Type R Series

The resistive element comprises a thin

film of nickel-chrome alloy evaporated

onto a high thermal conductivity

ceramic element. Metal end caps are

force fitted to the element prior to

spiralling to value. Tinned copper lead

wires are welded to the end caps and

the components are then coated. One

coat of phenolic resin is followed by

three coats of epoxy resin. All resistors

are tested for value and tolerance.

Characteristics - 
Electrical

YR8 ER8 CR8 YR1 ER1 CR1 YR2 ER2 CR2
Rated Power @ 70°C (W) 0.125 0.25 0.5
Resistance Range (ohms) Min 51R1 10R 10R

Max 511K 1M0 1M0
Tolerance (%) 0.1           0.25            0.5
Code Letter B              C               D
Temperature Coefficient (ppm/°C) ± 15 ± 25 ± 50 ± 15 ± 25 ± 50 ± 15 ± 25 ± 50
Selection Series E96
Limiting Element Voltage - Nominal (V) 200 250 350
Maximum Overload Voltage (V) 400 500 700
Operating Temperature Range (°C) -65 to +155
Dielectric Strength (V) 500
Insulation Resistance Min Dry (Mohms) 10,000
Voltage Coefficient Max (ppm/V) 5

Derating Curve Surface Temperature Vs Load

Dimensions

Style L* D d nom Ammo Pack
R8 3.3 ± 0.1 1.7 ± 0.2 0.45 1000
R1 6.3 ± 0.3 2.3 ± 0.2 0.6 1000
R2 9.5 ± 0.5 3.5 ± 0.5 0.6 1000

* Length is measured in accordance with IEC 294
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Common Part Power Range

C - 50ppm

E - 25ppm

Y - 15ppm

1 - 0.25W

2 - 0.5W

8 -0.125W

Tolerance
10 ohm

(10 ohms) 10R

1K 0hm
(1000 ohms) 1K0

100K ohm
(100000 ohms) 100K

1M ohm
(1000000 ohms) 1M0

Resistance Value Marking Code

B - 0.1%

C - 0.25%

D - 0.5%

CC - Five Band
Colour Code

How to Order
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High Precision Resistors

Type KC Series

Resistance Values: R10 to 275K
Resistance Tolerance: 10%, 5%, 3%, 1%,

(available to ± 0.01% on request)
Rated Dissipation: 0.5 watts to 14 watts
Dielectric Strength: 1KV (All Types)
Insulation Resistance: 1000 Meg Ohms
Terminal Strength: 5lb pull test
Solderability: Meets MIL - STD - 202
Temperature Coefficient of Resistance: ±20ppm/°C - 100R and over

±30ppm/°C - 10R to 100R
±50ppm/°C - 1R0 to 10R
Closer T.C.'s available. Please ask for quotation

Temperature Range: -55°C to +355°C
Environmental Requirements: Meets or exceeds military specifications

L

d
D

Key Features
■ High Power, Precision

& Reliability

■ 0.5 Watts up to 14 Watts

■ Ayrton Perry Windings 
Available

■ Tolerances to 0.01%

■ Low Temperature Coefficient

■ 350°C Max Temperature

■ Conformally Coated

■ High Reliability

Type KC Series

The KC Series draws together high

power and high precision in one

attractively priced silicone coated

package. Windings are accurately

space wound on ceramic or aluminium

oxide cores. Winding pitch is

controlled for high winding density to

obtain maximum power dissipation by

transmitting more heat down the length

of the core, thereby lowering the

"Hot Spot" temperature. The resistance

wire is welded to the end cap using

the most advanced electronically

controlled D.C. Welders. Where high

reliability is required the resistance wire

is sandwiched between a weld tab and

the end cap to provide the ultimate in

reliability. Coated power resistors have

high resistance to commonly used

solvents.

Dimensions

Derating Curve

Characteristics -
Electrical

Power Working Maximum Dimensions
Style Rating Voltage Resistance

(W) (V) (ohms) L ±1.7 D ±0.8 d l
KC-1/2 1.2 73 4.5K 7.10 2.40 0.50 38.0
KC-1B 1.6 137 12K 13.50 2.40 0.50 38.0
KC-1D 4.5 406 38K 17.80 2.80 0.50 38.0
KC-2B 5.0 444 42K 20.60 4.75 0.80 38.0
KC-2C 3.5 181 32K 12.70 6.35 0.80 38.0
KC-3 5.5 295 45K 15.90 6.35 0.80 38.0
KC-5 6.0 444 90K 22.23 7.90 1.00 38.0
KC-6 6.5 488 95K 25.40 7.90 1.00 38.0
KC-7 8.0 730 100K 30.50 7.90 1.00 38.0
KC-7A 9.0 800 150K 34.90 9.50 1.00 38.0
KC-10A 12.0 1000 275K 45.21 9.50 1.00 38.0

How to Order

KC 2A 2K0 J —

Common Part

See Table Above

Package Style
0.1 ohm

(100 milli ohm) R10
1 ohm

(1000 milli ohm) 1R0
1K ohm

(1000 ohm) 1K0

Resistance Value Tolerance

KC - Standard Part

NC - Low
Inductive Winding

K ±10%

J ±5%

E ±3%

F ±1%

Packaging

— - Bulk

B - Bandoliered
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Precision Resistors
Ultra Precision Wire-Wound Resistors

Type UPW Series

Key Features
■ Custom weld tabs and copper 

weld leads ensure a good 
mechanical and electrical 
connection between the
element and the lead wires. 
Protection is given to the 
windings by means of a layer 
of silicone RTV rubber. This 
allows movement of the 
windings during temperature 
cycling due to loads and
to varying ambient
temperatures. Outer protec-
tion is given by means of a 
hot transfer moulded epoxy 
compound which ensures an 
airtight coating with no 
trapped air.

■ Superior quality wire-wound 
resistors with very low
selection tolerances and
temperature coefficients 
down to 1 ppm. 3 case sizes 
are available. T/C, ratio and 
pair matching is available 
and customer specifications 
are welcome. These compo-
nents exhibit high stability 
under load and severe
environmental conditions.

■ Packed loose in boxes

Type UPW Series

The resistive element is wire wound

onto a moulded high temperature

plastic bobbin with a central former.

The direction of winding is reversed

part way through the winding, giving

very low values of inductance.

These Neohm resistors use bobbin

assemblies with flattened lead ends,

providing high resistance to pull,

vibration and torsional forces during

handling, assembly and life.

Characteristics - 
Electrical

UPW15 UPW25 UPW30 UPW50
Rated Power @ 125°C (W) 0.125 0.25 0.3 0.5
Derate to zero at 145°C
Resistance Range (Ohms) Min R10 R10 R10 R10

Max 300K 1M0 1M0 2M0
Tolerance (%) 0.005   0.01   0.02   0.05   0.1   0.2   0.5   1 
Code Letter E        L        P       W      B     A     D     F
Limiting Element Voltage (V) 150 300 150 400
Temperature Coefficient (ppm/°C) Typ. ± 3 (0°C to +85°C)

Max. ± 5 (-55°C to +125°C) ± 1 available on request
Operating Temperature Range (°C) -55 to +145
Long Term Stability (Load) < 50 ppm @ 10,000 hrs

< 100ppm @ 26,000 hrs
Thermal EMF < 0.2 µ V /°C

Dimensions
Style A Style B

Type Style L ± 0.4 D ± 0.4 W ± 0.5 s ± 0.2 d nom
UPW15 A 6.35 3.18 - - 0.64
UPW25 A 9.53 4.75 - - 0.64
UPW30 B 7.62 7.62 3.18 3.81 0.64
UPW50 A 12.7 6.35 - - 0.81

Derating Curve

40 60 80 100 120 140 160

100

80

60

40

20

0

Pe
rc

en
t R

at
ed

 P
ow

er

Ambient Temperature (°C)

UPW Series resistors must be derated for tolerances below 0.1%. Use the graph to select tolerance versus operating
temperature to determine the percentage rated power for operation.
No derating is required for operation below 20 °C.

1%, 0.5%, 0.2%, 0.1%

0.05%
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0.01%

0.005%
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How to Order

UPW 15 E R10 V

Common Part

15 - 0.125W

25 - 0.25W

30 - 0.3W

50 - 0.5W

Size

E - 0.005%

L - 0.01%

P - 0.02%

W - 0.05%

B - 0.1%

A - 0.2%

D - 0.5%

F - 1.0%

Tolerance Resistance Value

UPW - Ultra
Precision Wire-

Wound Resistors

0.1 ohm
(100 milli ohm) R10

1 ohm
(1000 milli ohm) 1R0

1K ohm
(1000 ohm) 1K0

TCR

V - 5ppm/°C
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Choosing the right
Passives Device

FIXED
RESISTORS

CURRENT SENSE

SMD /
LEADED

SMD

ELEMENT

LEADED

ELEMENT

FOIL THICK FILM

WATTAGE WATTAGE

HL

KL

TL

SL

CRL

CSR

RL73

FOIL

WATTAGE

SBL

OP

OS

HER

HMA

HPA

HPF

HPR

Other parameters to be aware of:

Component Size
Power Rating Required

Pin Configuration
Voltage Rating

Temperature Coefficient
Resistance Tolerance

Current Rating
Ohmic Value Range
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Current Sense Resistors

Value Max Lowest Tightest
Range Power TCR Tolerance Family Page

R001 - R50 1W 75ppm 1% TL 26
R005 - R10 1W 50ppm 1% HL 27
R005 - R10 2W 100ppm 1% KL 28
R005 - R05 2W 50ppm 0.50% CSR 29
R005 -R099 3W 100ppm 1% SL 30-31
R10 - 10R 1W 100ppm 1% RL73 32
R01 - 4R7 1W 200ppm 1% CRL 33

R005 - R051 5W 200ppm 1% SBL 34
R0005 - R002 5W 90ppm 1% OP 35
R005 - R051 5W 100ppm 5% OS 36
R005 - R30 5W 20ppm 5% HER 37
R005 - R35 3W 20ppm 1% HMA 38
R005 - R40 20W 20ppm 5% HPA 39
R0025 -R40 20W 20ppm 5% HPF 40
R005 - R80 10W 100ppm 5% HPR 41
R003 - R10 5W 40ppm 1% KNP 42

The CGS range of Current Sensing Resistors is available in Surface Mount and Leaded

types. In addition a range of mounting styles including Kelvin Connection

and 4 terminal leaded connection are also available.

Using technologies in Thick Film, Bulk Metal, Metal Plate and Wirewound allows this

range of products to be offered in a range of sizes from 0402 SMD size to large size

ceramic cased resistors, capable of dissipating 20W with a 30 Amp current rating.

This range of Resistors is very suitable for current sensing in applications such as

Power Supply circuits, Electric Meter sensing, Protection Feed Back circuits and a

wide range of Automotive applications.

■ Surface mount products down to 0402 size

■ Ceramic cased resistors to 20W rating

■ TCR’s to 20ppm and tolerances down to 1%

■ Values ranging from R0005 to 10R

■ Many products stocked in Distribution

■ Wide range of technologies allows best fit product
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For resistors operated in ambient temperatures above 70°C, power rating must be derated in accordance with this curve.

* - 20:10 available by special request. Minimum Orders of 10000 pcs to apply

Key Features
■ Up to 1 Watt at 70°C

■ Supplied on Tape

■ Ideal for Current Detection

■ Wide Value Range
R005 to 1R0 Possible

■ Fully Automated Manufacture

■ 12:06, 20:10 and 25:12 
Packages Available

■ Available in Distribution

Type TL Series

Tyco Electronics Components is

pleased to offer this unique High

Power, metal chip resistor for

current sensing positions. It has a

special metal resistive element and

suitable barrier layers beneath the

solder to prolong terminal life.

Following the developments by

semiconductor manufacturers in the

production of a range of IC's for battery

charge management and low voltage

power supplies, the TL Series satisfies

the demand for a low ohmic shunt

resistor to act as a current sensor.

It has particular applications in the

automotive industry for sensing in

EMU's.

Power Derating Curve

Characteristics - 
Electrical

Mechanical

Body Construction: Fully Welded Element
Terminations: 60/40 Tinned Copper
Coating: Epoxy

1206 2010 2512
Resistance Value Range: R003-R20 R003-R50 R001-R50
Resistance Tolerance: ± 1%
Power Rating: Up to 1 watt at 70°C derating to zero at 170°C
Operating Temperature: -65°C to +170°C
Inductance: < 5 Nanohenries
T.C.R. ±75ppm/°C (R007-R20/R50)
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Type Power Rating
TL2B 0.25 Watts
TL2H* 0.5 Watts
TL3A 1.0 Watts

How to Order
TL 3A R015 F TE

Common Part

2B - 12:06

*2H - 20:10

3A - 25:12

Power Ratings
0.005 ohm

(5 milli ohm) R005

0.015 ohm
(15 milli ohms) R015

0.047 ohm
(47 milli ohms) R047

Resistance Value Tolerance

TL - Standard Part F - ±1%

Packaging

TE - 4000 per Reel

TDG - 2000 per Reel
(2512 only)

Dimensions

Type L W H D
TL2B 3.2 1.6 0.6 0.5

TL2H* 5.1 2.5 0.6 0.5
TL3A 6.4 3.2 0.6 0.8

LD

W

H

D
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Current Sense Resistors

For resistors operated in ambient temperatures above 70°C, power rating must be derated in accordance with this curve.
Key Features
■ Low Cost for Volume 

Applications

■ Up to 1 Watt at 70°C

■ Supplied on Tape

■ Ideal for Current Detection

■ Wide Value Range R005 to 
R10 Possible

■ Fully Automated Manufacture

■ 25:12 Package

Type HL Series

Tyco Electronics Components is

pleased to offer this unique High

Power, metal chip resistor for

current sensing positions. It has a

special metal resistive element and

suitable barrier layers beneath the

solder to prolong terminal life.

Following the developments by

semiconductor manufacturers in the

production of a range of IC's for battery

charge management and low voltage

power supplies, the HL Series satisfies

the demand for a low ohmic shunt

resistor to act as a current sensor.

It has particular applications in the

automotive industry for sensing in

EMU's.

Dimensions

Characteristics -
Electrical

Resistance Value Range: R005 - R10
Resistance Tolerance: ±1%, ±5%
Power Rating: 1 watt at 70°C derating to zero at 155°C
Operating Temperature: -55°C to +155°C
T.C.R: ±50ppm, ±100ppm/°C ≥R01 ~ ±200ppm/°C <R01

Mechanical

Fully Welded Element
Copper (Solder Plated) Terminations
Heat Resistant Resin Moulding
Weight: 0.067 grams typical

Derating Curve
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L ±0.5 W ±0.3 t ±0.3 a ±0.3 b ±0.3 c ±0.3
6.2 3.1 1.0 2.5 0.8 1.2

Standard Reel Size: 25:12 1000 per 7” Reel

HL 3A H R015 F TDF

Common Part

3A - 25:12

Size T.C.R.

HL - Standard part

G - 50ppm/°C

H - 100ppm/°C

T - 200ppm/°C

Resistance Value

F - ±1%

J - ±5%

Tolerance Packaging
0.005 ohm

(5 milli ohm) R005

0.015 ohm
(15 milli ohms) R015

0.047 ohm
(47 milli ohms) R047

TDF - 1000
per Reel

How to Order

L t

a W

b

c
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Power Rating Curve

Key Features
■ 2 Watts at 70°C

■ Supplied on Tape

■ Ideal for Current Detection

■ Wide Value Range
R005 to R10 Possible

■ Fully Automated Manufacture

Type KL Series

Tyco Electronics Components is

pleased to offer this unique High

Power, metal chip resistor for 

current sensing positions. It has a 

special metal resistive element and

suitable barrier layers beneath the 

solder to prolong terminal life.

Following the developments by

semiconductor manufacturers in the

production of a range of IC's for battery

charge management and low voltage

power supplies, the KL Series satisfies

the demand for a low ohmic shunt

resistor to act as a current sensor.

It has particular applications in

the automotive industry for sensing

in EMU's.

Characteristics -
Electrical

Resistance Value Range: R005 - R10
Resistance Value Grid: E24
Resistance Tolerance: ±5%, ±1%
Power Rating: 2 Watts at 70°C (zero at 180°C)
Voltage Rating: √Power x Resistance
Operating Temperature: -55°C to +180°C
Inductance: ≤ 5 Nanohenries
T.C.R. R ≤ R013 ±180ppm/°C, R ≤ R015 ±100ppm/°C
Insulation Resistance: <10,000 Meg Ohms

Mechanical

Body Construction: Fully Welded Element
Terminations: 60/40 Tinned Copper
Coating: Epoxy

How to Order

KL 4A R10 F TN

Common Part

4A - 2 Watts

Power Rating

0.01 ohm
(10 milliohms) R01

0.1 ohm
(100 milliohms) R10

Resistance Value Tolerance

KL - Standard Part
F - ±1%

J - ±5%

Packaging

TN - Taped 1000
on Reel

KL4A - 2.0 Watts

Dimensions

Style L±0.3 W±0.2 t±0.2 a±0.2 b±0.2 c±0.3
KL4A 11.5 7.0 2.5 5.0 1.7 2.6

For resistors operated in ambient temperatures above 70°C, power rating must be derated in accordance with this curve.
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Current Sense Resistors

Key Features
■ 1 & 2 Watt Styles

■ Tolerances down to ±0.5%

■ Kelvin Connections

■ TCR 50 ppm/°C

■ Stable On Board Performance

■ Ideal for Current Sensing

Type CSR Series

The CSR Resistor Series is a unique

development available from Tyco

Electronics Components in that it offers

Kelvin connections in a 1 & 2 watt low

ohmic resistor designed for current

sensing. The CSR utilises fully welded

construction techniques unlike other

designs which rely solely on tinned

termination connections. These

features allow the CSR Resistor Series

to withstand the higher temperatures

associated with reflow, vapour

phase, or infrared (IR) manufacturing

processes without degradation.

Characteristics - 
Electrical

CSR-1 CSR-2
Power Rating at 70°C: 1W 2W
Resistance Range (milli Ohms): 5-50 5-50
Resistance Tolerance: D (±0.5%) F (±1%) F (±1%)
T.C.R. ppm/°C: ±50 ±50
Operating Temperature Range: -55°C to +125°C -55°C to +125°C

L

g h

W

f

a

d

e

cb

t

Example of CSR Application - 
Only for Direct Current,
Low Voltage Applications

Dimensions

Style L W t a b c d e f g h
CSR-1 10.8±0.5 6.2±0.3 2.1±0.2 3.0±0.3 0.8±0.2 1.4±0.5 1.2±0.5 1.3±0.3 1.3±0.3 5.0±0.1 2.5±0.1
CSR-2 12.8±0.5 8.2±0.3 3.1±0.2 5.0±0.3 1.0±0.2 2.0±0.5 2.0±0.5 2.2±0.3 2.2±0.3 6.0±0.1 3.0±0.1

How to Order

CSR 1 R10 F T

Common Part

1 - 1 Watt

2 - 2 Watt

Power Rating

0.001 Ohm
(1 milli Ohm) R001

0.1 Ohm
(100 milli Ohm) R10

Resistance Value Resistor Tolerance

CSR - 4 Terminal
Current Sense

Resistor

D - ±0.5%

F - ±1%

Pack Style

– Loose

T - Tape And Reel

Detecting Current

Output

Sensed Voltage shall be within the rated voltage of the Sensing IC

Voltage Terminal

Input

Current Terminal
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SMD Current Sense Resistors

Type S Series

Key Features
■ Low Profile Design

■ Available on Tape
(3 Reel Sizes)

■ Very Wide Value Range

■ Ideal for Current Sensing

■ Up to 3.0 Watts Power

■ High TCR Versions
(to 6000ppm)

■ Stable to 5ppm/°C

Type S Series

Tyco Electronics Components intro-

duces a range of surface mount power

resistors to meet today's circuit design

needs. One design concept allows an

engineer to choose from three styles

(Lo Ohm, Power, or Ultra Precision)

while staying within the new standard

circuit board land pattern guidelines

now accepted by the wirewound

resistor industry. Each size offers low

profile case  design with flexible tinned

copper terminations for  reliable solder

joints. All styles utilise a fully welded

construction technique, unlike other

designs that rely solely on tinned

termination connections. These

features allow the S Series to withstand

the higher temperatures associated

with reflow, vapour phase, or infrared

(IR) manufacturing processes without

degradation.

Characteristics -
Electrical

"SL" Lo Ohm "SP" Power
Values S1/2: R01 - R05 R06 - 1K4
Values S1: R005 - R075 R10 - 5K0
Values S2: R005 - R099 R10 - 10K
Values S3: R005 - R099 R10 - 45K
Grid: E24 E96
Resistance Tolerances: 1%, 3%, 5%. 0.1% to 5%.
Power Rating @ 25°C S1/2: 0.5 Watt 0.75 Watts
Power Rating @ 25°C S1: 1 Watt 1.5 Watt
Power Rating @ 25°C S2: 2 Watts 2.5 Watts
Power Rating @ 25°C S3: 3 Watts 3.5 Watts
Derating: See Curve Below See Curve Below
Max. Operating Voltage S1/2: √Power x Resistance 33 Volts
Max Operating Voltage S1: √Power x Resistance 58 Volts
Max Operating Voltage S2: √Power x Resistance 127 Volts
Max Operating Voltage S3: √Power x Resistance 212 Volts
Inductance: < 7 Nanohenries ----

Temperature Coefficient
of Resistance

Range (L) Low Ohm (P) Power
R005 - R20 <100 PPM
R10 - R99 ±30ppm
1R0 - 10R ±20ppm
11R - 99R ±90ppm
100R and over ±50ppm

NB: High TCR Type Available to 6000ppm/°C

Environmental

Typical ∆R
Solder Immersion: 260°C for 10 seconds. 0.1%
Load Life: 2000 hours at rated power at 25°C. 0.2%
Moisture Resistance: 240 hours with humidity ranging from 80% RH to 98% RH. 0.1%
Thermal Shock: -55°C for 15 minutes no load. 0.1%
Dielectric Withstand: 1000 Volts.
Short Term Overload: 5 times rated power for 5 seconds 0.1%
Solderability: 95% coverage within 1/16" of contact point. ----
Flammability: UL94V Rating. ----

Power Derating
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Current Sense Resistors
SMD Current Sense Resistor

Type S Series (continued)

Dimensions

Size Length Width Height Stand Off Pad Width Pad Length
(L) (W) (H) (S) (PW) (PL)

S 1/2 5.46 3.18 2.54 n/a 1.27 1.02
S1 6.48 3.81 2.84 0.50 1.27 1.25
S2 12.14 5.84 5.33 0.50 2.54 2.54
S3 15.24 7.00 6.48 0.50 2.29 1.27

PL

SL

W

H

PW

.006 FLAT LEAD THICKNESS

Type H J X Y
S 1/2 1.91 4.45 1.78 2.54

S1 3.43 5.97 2.03 2.54
S2 6.98 10.54 3.05 3.56
S3 10.42 14.78 2.80 3.56

Land Pattern

S L 1 1R0 J T

Common Part

L - Low Ohmic

P - Power

Resistor Type Case Size

S - Standard Part

1/2 - 5.5 x 3.2

1 - 6.5 x 3.8

2 - 12.1 x 5.9

3 - 15.3 x 7.0

Resistance Value

K ±10%

J ±5%

E ±3%

F ±1%

D ±0.5%

C ±0.25%

B ±0.1%

A ±0.05%

Q ±0.02%

T ±0.01%

Z ±0.005%

Absolute Tol.
at +25°C

Pack Style
0.1 Ohm

(100 milli ohms)
R10

1 Ohm
(1000 milli ohms)

1R0

1K Ohm
(1000 Ohms)

1K0

L - Loose Piece

R - S_1 500 pcs
7” Reel

S - S_1 1000 pcs
13” Reel

W - S_2 1000 pcs
13” Reel

How to Order

Cleaning Conditions

After soldering use cleaning solvents such as chlorosen, dyefreon, suitable aqueous or semi aqueous cleaner.

Storage

To prevent damage to the electrode, be sure to observe the following cautions for storage.

• Store in 40°C maximum ambient temperature, and 70% maximum R.H.
• For maximum possible shelf life do not disturb polythene sleeve until you are ready to use.
• Store where there are no harmful gases containing sulphur or chlorine.

Y

X

H

Y
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SMD Low Ohmic - Current Sense Resistors

Type RL73 Series

Key Features
■ Up to 1 Watt at 70°C

■ Values Down to R10

■ 7 Chip Sizes

■ Ideal for Current Detection

■ Value Marked on Resistor

■ Lab Kits Available on 
Request

■ Sizes 0402 to 2512

■ 0402, 0603, 0805, 1206, 
2512 stocked in Distribution 

Type RL73 Series

Tyco Electronics Components is

pleased to offer this thick film chip

resistor for current sensing positions. It

has a special metal glaze resistive

element and a nickel barrier layer

beneath the solder to prolong terminal

life. Following the developments by

semiconductor  manufacturers in the

production of a range of IC's for battery

charge management and low voltage

power supplies, the RL73 Series

satisfies the demand for a low ohmic

shunt resistor to act as a current sensor.

Power Derating Curve

Characteristics -
Electrical

Power Max. Max. Resistance Range Taping & Qty
Type T.C.R. Rating Working Overload *F(±1%) G(±2%), Per 7” Reel

@ 70°C Voltage Voltage E96, E24 J(±5%) E24 TP TD TE
RL73N1E ± 300

0.10W - -
- R20 - R91

10000 - -
RL73N1J ± 300 - R20 - R91

RL73H2A ± 100
0.125W 1.11V 2.79V

R20-10R -
- 5000 -

RL73K2A ± 200 - R10-10R

RL73H2B ± 100
0.25W 1.58V 3.95V

R20-10R -
- 5000 -

RL73K2B ± 200 - R10-10R

RL73H2E ± 100
0.5W 2.23V 5.59V

R20-10R -
- 5000 -

RL73K2E ± 200 - R10-10R

RL73H2H ± 100
0.75W 2.73V 6.84V

R20-10R -
- - 4000

RL73K2H ± 200 - R10-10R

RL73H3A ± 100
1.0W 3.16V 7.90V

R20-10R -
- - 4000

*RL73K3A ± 200 - R10-10R
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If this device is expected to run at full continuous power then action to improve the cooling should be taken. This can be a
metal substrate, copper pad left under the chip, an opening in the PCB or extra large solder pads.
* Recommended Circuit Board Design
For resistors operated in ambient temperatures above 70°C, power rating must be derated in accordance with this curve.

Dimensions

How to Order

RL73K 3A R10 J TE

Common Part

See Above
e.g. 3A - 1W

Rated Power
0.1 Ohm

(100 milli Ohm) R10

1 Ohm
(1000 milli Ohm) 1R0

10 Ohm
(10000 milli ohm) 10R

Resistor Value Tolerance

RL73K - Standard

* RL73H - 100ppm/°C
*See table Above

RL73N - 300ppm/°C

J ±5%

G ±2%

*F ±1%
* See Table Above

Packaging
TE - 4000 (RL73_3A,

RL73_2H Only)

TD - 5000 (RL73_2A,
RL73_2B, RL73_2E Only)

TP - 10,000 (RL73_1E,
RL73_1J Only)

Part Number L±0.2 W C D±0.2 t±0.1
RL73 1E 1.0 0.5 ±0.05 0.25 ±0.1 0.2 ±0.1 0.35
RL73 1J 1.6 0.8 ±0.15 0.3 ±0.1 0.3 ±0.2 0.45
RL73 2A 2.0 1.25±0.1 0.4±0.2 0.3 0.5
RL73 2B

3.2
1.6±0.2

RL73 2E 2.6±0.2
0.5±0.3 0.4 0.6

RL73 2H 5.0 2.5±0.2
RL73 3A 6.3 3.1±0.2

0.1

LD

W

t

C
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Current Sense Resistors
SMD Low Ohmic - Current Sense Resistors

Type CRL Series

Key Features
■ Up to 1 Watt at 70°C

■ Values Down to R01

■ Supplied on Tape

■ Ideal for Current Detection

■ 0.5 Watt by 0805 x 3

■ 1 Watt by 0805 x 6

Type CRL Series

Tyco Electronics Components is

pleased to offer this High Power, thick

film chip resistor for current sensing

positions. It has a special metal glaze

resistive element and a barrier layer

underneath the solder to prolong

terminal life. Following the develop-

ments by semiconductor manufacturers

in the production of a range of IC's for

battery charge management and low

voltage power supplies, these resistors

satisfy the demand for a low ohmic

shunt resistor to act as a current sensor.

Unique parallel print enables very low

values and high powers for thick film

resistors.

Dimensions
Handling Recommendations
When flow soldering - the land width must be smaller than the chip resistor width to control the solder application.
Generally, the land width can be chip resistor width x 0.7 to 0.8. When reflow soldering - The amount of solder can be adjusted.
Thus the land width can be set to W x 1.0 to 1.3.

Characteristics - 
Electrical

CRL1220 CRL3720 CRL7520
Power Rating at 70°C 1/4W 1/2W 1W
Resistance Range 22mΩ-68mΩ 0.1Ω-4.7Ω 22mΩ-68mΩ 0.1Ω 10mΩ-68mΩ 0.1Ω
Resistance Tolerance 2% - 5% 1% 1% - 2% 1% - 2% 1% - 2% 1% - 2%
Temperature Coefficient 0~ +350ppm/°C 0~ +200ppm/°C 0~ +350ppm/°C 0~ +200ppm/°C 0~ +350ppm/°C 0~ +200ppm/°Cof Resistance
Resistance Values E6 E6* E6*
Max. Operating Temperature ±125°C
Short Time Overload ±0.5%
Load Life ±0.5%
Moisture Life ±0.5%
Temperature Cycle ±0.5%
Resistance to Solder Heat ±0.5%
* For 1/2 W Additional Existing Value: R025, R04, R05, R075
* For 1 W Additional Existing Value: R018, R02, R025, R04, R05, R075

Derating Curve
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CRL1220 CRL3720 CRL7520

CRL 1220 T R10 J TD

Common Part

See Above
e.g. 1220 1/4W

Size Temp. Coefficient

CRL - Standard
S - ±200ppm/°C

T - ±350ppm/°C

Resistor Value

J - ±5%

G - ±2%

F - ±1%

Tolerance Packaging

0.1 ohm
(100 milli ohm)

R10

1 ohm
(1000 milli ohm)

1R0

TD - Taped
5000 on reel

How to Order

For resistors operated in ambient temperatures above 70°C, power rating must be derated in accordance with this curve.



Low Ohmic - Current Sense Resistors

Type SBL Series

Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

34

Key Features
■ 4 Watts & 5 Watts Versions

■ Solid Metal Element

■ Non-Inductive

■ Low Temperature Coefficient 

■ High Reliability

■ Custom Design
(Subject to Volume)

■ 4 Watt Device Available
in Distribution

Type SBL Series

The SBL Series is a low ohmic

non-inductive resistor with a low

temperature coefficient in a fully

insulated ceramic housing. It is

ideal for applications in power supply

regulation, motor control current

monitoring, feedback control loops,

overload sensors and radio frequency

applications. The solid metal element

has welded copper terminals and is

encapsulated in a ceramic housing,

filled with compressed silica sand.

Temperature Rise

Dimensions

Characteristics - 
Electrical

Mechanical

Climatic Category: -55 / 250 / 56
Temperature Range: -55°C to +250°C
Derating: Linear from 70°C to 250°C

Resistance Values (4 Watt): R005, R01, R015, R018, R022, R033, R047, R051
Resistance Values (5 Watt): R01, R015, R018, R022, R033, R047, R051
Resistance Tolerance: ± 5%
Rated Dissipation (4 Watt): 4 Watts at 70°C
Rated Dissipation (5 Watt): 5 Watts at 70°C
Dielectric Strength: 2000 Volts
Insulation Resistance: < 10000 Mohms
Maximum Continuous Working Voltage: √Power x Resistance AC RMS

Environmental

Resistance to Solder Heat: 260°C ( ∆R ± 0.2% typical)
Terminal Strength: 3lb pull test
Solderability: Meets MIL Std 202
Marking: Black ink on ceramic body - Manufacturer, 

Resistance Value and Tolerance

SBL 4 R051 J

Common Part

4 - 4 Watts

5 - 5 Watts

Power Dissipation

R005, R01, R015, R018,
R022, R033, R047, R051

(5 Watt Version only
R01 - R051)

Resistance Value Tolerance

SBL - Standard
J ±5%

F ±1%

How to Order
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Current Sense Resistors

Max 9.5

ø2

6.35 ±0.254 25.4 ±0.254

Max 36

10.2 ±0.5

Dimensions

Key Features
■ Small Size Light Weight

■ Easy to Mount

■ Very Low Inductance

■ Temperature Range
-55°C to +155°C

■ High Power - 5 Watts

■ Custom Designs Welcomed

■ RoHS Compliant

The OP Series is designed for current

sensing using a range of low TCR

resistive alloys to create the value and

current capability you require.

The ribbon is welded to 2mm diameter

solid (OFHC) copper leads that are

tin/copper electroplated. The OP is

ideally suited to current detection in

power supply circuits, electric metre

sensing, protection feed back

circuits and a wide range of

automotive positions.

Characteristics - 
Electrical

Resistance Value: R0005 – R002
Resistance Tolerance (%): 1%, 5%
Temperature Coefficient of Resistance: 90ppm/°C
Inductance: <30nH
Short term Overload: 5 Times rated power for 5 seconds
Power Rating (W): 5W
Temperature Range: -55°C to +155°C
Terminals: Tin / Silver

Type OP Series

Derating Curve
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Ambient Temperature (°C)

For ambient temperatures above 25°C derate accordingly to the above curve.

OP 5 R005 F

Common Part

5 Watts

Power Rating

0.005 ohm
(5 milli ohm) R005

0.01 ohm
(10 milli ohm) R01

0.1 ohm
(100 milli ohm) R10

Resistance Value Tolerance

OP - Power Low
Ohmic Shunt

F - ±1%

J - ±5%

How to Order
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Key Features
■ Small Size Light Weight

■ Easy to Mount

■ Completely Non Inductive

■ Temperature Range
-55°C to +155°C

■ High Power up to 5 Watts

■ High Current up to 14 Amps

■ Custom Designs Welcomed

Type OS Series

The OS Series is designed for current

sensing using a range of low TCR

resistive alloys to create the value and

current capability you require. 

The ribbon is welded to 1mm diameter

solid (OFHC) copper leads that are

tin/lead electroplated. The OS is

ideally suited to current detection in

power supply circuits, electric meter

sensing, protection feed back circuits

and a wide range of automotive

positions.

Characteristics - 
Electrical

Resistance Value: R005, R01, R015, R022, R025, R033, R047,
R051 (or custom)

Resistance Tolerance: 5%, 10% (tighter by discussion)
Temperature Coefficient of Resistance: Material 20ppm/°C Effective 100ppm/°C over range
Rated Ambient Temperature: +70°C
Operating Temperature Range: - 40°C + 200°C
Load Life @ 125°C: 1000 hours ∆R< ± 2% max.
Temperature Cycling: - 40°C + 125°C 1000 ∆R< ± 2% max.
Moisture No Load: 1000 hours ∆R< ± 1% max.
Pack Quantity: 500 boxed - loose pack

Dimensions

Temperature Rise Curve
Typical Temperature Rise Under
Load Condition Type 0S3

Type S L C ±0.25 P ±0.1 R ±0.1 B ±0.05
OS-1 11.43 5.0±2.5 3.2 1.2 2.0 1.7
OS-3 15.20 25.4 Max 3.2 1.2 2.0 1.7
OS-5 20.30 25.4 Max 3.2 1.2 2.0 1.7

How to Order

OS 3 R01 15 J

Common Part

1 - 1 Watt
3 - 3 Watt
5 - 5 Watt

(Or Custom)

Rated Power

0.01 Ohm
(10 milli Ohm) R01

Resistance Value Insertion Pitch

OS - Open Wire
Resistor (Radial)
LW - Leaded Wire
(Axial) Resistor

(Custom)

12 - 12mm

15 - 15mm

20 - 20mm

Tolerance

J ±5%

K ±10%

Tighter by Discussion
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Current Sense Resistors

Key Features
■ Up to 5 Watts

■ Low Values (R005 - R30)

■ Metal Plate Construction

■ Low TCR Rating

■ Low Inductance

■ Flameproof Coating

Type HER Series

Tyco Electronics Components offer a

range of metal plate power shunt

resistors. The HER Series is ideal for

power applications at an economical

price. These resistors have low TCR's

and inductance characteristics along

with flameproof coatings.

Dimensions
V05 V09 H20

Type
Dimensions Rated Resistance

Wattage Range (Ohms)W±1.5 W2±1.5 H1±2.5 H2±1.5 L±1.5 d±0.02

HERV05 1 8.5 5 8 22 5.0 0.8 1W 10m - 100m
HERV09 2 11.5 9 12 22 4.5 0.8 2W 5m - 200m
HERV09 5 11.5 9 26 22 4.5 0.8 5W 26m - 200m

1.0 5m - 25m
HERH20 5 24.5 20 12 22 4.5 0.8 5W 21m - 300m

1.0 5m - 20m

How to Order

HER V05 5 R10 J

Common Part

H20 - Low Profile

V05 - Bead Shape

V09 - Standard Radial

Package Style

1 - 1 Watt

2 - 2 Watt

5 - 5 Watt

Power Resistance Value

HER - Radial Epoxy
Coated Shunt

R005 - 5 milli ohms

R30 - 300 milli ohms

Tolerance

J ±5%

Derating Curve
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Low Ohm Shunt
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13.0

0.8
3.5

38.1 min.

Key Features
■ 3 Watt Moulded Axial 

Package

■ Low Temperature Coefficient

■ Low Inductance

■ Metal Plate Construction

■ Low Values (R005 to R35)

Type HMA Series

Tyco Electronics Components offer a

range of metal plate shunt resistors.

The HMA Series is an axial moulded

resistor ideal for current sensing

applications including switching and

linear power supplies, instrumentation

and power amplification.

Dimensions

Power Derating Curve Surface Temp. vs Power

Characteristics -
Electrical

Resistance Range: 0.005 ohm to 0.35 ohm
Resistance Tolerance: ±1%, ±3%, ±5%, ±10%.

Lower tolerances available as specials
Temperature Coefficient: 20ppm - 90ppm
Dielectric Strength: 500 Vac
Insulation Resistance: 1000 Meg ohm minimum dry
Short Time Overload: 5 seconds at 5 x rated power

Mechanical

Terminal Strength: 4.5 kg pull
Solderability: Satisfactory when tested in accordance

with method 208 of MIL - STD - 202

Environmental

Test Maximum
Thermal Shock: ± 0.2%
Short Time Overload: ± 0.5%
Terminal Strength: ± 0.1%
Dielectric Withstand Voltage: ± 0.1%
High Temperature Exposure: ± 1.0%
Moisture Resistance: ± 0.2%
Low Temperature Storage: ± 0.2%
Vibration/High Frequency: ± 0.1%
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How to Order

HMA 3 R10 F

Common Part

3 - 3 Watts at 70°C

Power Dissipation

R005 - 5 milli ohms

R35 - 350 milli ohms

Resistance Value Tolerance

HMA - Moulded Axial
Shunt Resistor

F - ±1%

E - ±3%

J - ±5%

K - ±10%
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Current Sense Resistors

1.5 MAX

d H

W
IL

1.5 MAX

I

Key Features
■ 8 Sizes (1W - 20W)

■ Up to 20W Dissipation

■ Ceramic Construction

■ Low Values (R005 to R40)

■ Moulded Axial

Type HPA Series

Tyco Electronics Components offer a

range of Metal Plate Power Shunt

resistors. The HPA Series is an Axial

Ceramic resistor for use in current sens-

ing applications. The wide Wattage

range (1 - 20 Watts) enables the HPA

Series to cover most applications.

Dimensions

Type
Dimensions

L±1.0 W±1.0 H±1.0 l (Min) d±0.02

HPA2 1 13.0 6.5 7.0 35 0.8
HPA2 2 18.0 6.5 7.0 35 0.8
HPA2 3 22.0 8.0 8.5 35 0.8
HPA2 5 21.5 9.5 9.5 35 0.8
HPA2 7 34.5 9.5 9.5 35 0.8
HPA2 10 48.0 9.5 9.5 35 1.0
HPA2 15 48.0 12.5 12.5 35 1.0
HPA2 20 62.5 12.5 12.5 35 1.0
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Ambient Temperature (°C)

How to Order

HPA 7 R10 J

Common Part

3 - 3 Watts

5 - 5 Watts

7 - 7 Watts

10 - 10 Watts

15 - 15 Watts

20 - 20 Watts

Power Dissipation

R005 - 5 milli ohms

R40 - 400 milli ohms

Resistance Value Tolerance

HPA2 - Ceramic
2 Wire Shunt J - ±5%

HPA 1 HPA 2 HPA 3 HPA 5 HPA 7 HPA 10 HPA 15 HPA20
Rated Wattage: 1 2 3 5 7 10 15 20
Resistance Range (Ohms): 5m-30m 5m-50m 5m-100m 5m-100m 10m-120m 10m-300m 10m-300m 10m-400m

Characteristics -
Electrical

Derating Curve
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Key Features
■ Wide Versatile Mounting 

Styles

■ Low Cost Solution

■ Moulded Package

■ Values Down to R0025

■ 7 Sizes (2W to 20W)

Type HPF Series

Tyco Electronics Components offer a

range of metal plate shunt resistors. The

HPF Series is a 4 wire moulded device

for current sensing applications to

facilitate dual mounting requirements to

minimise stock profiles. A wide power

range of 2 to 20 Watts is available which

will suit most applications.

HPF 2 HPF 3 HPF 5 HPF 7 HPF 10 HPF 15 HPF 20
Rated Wattage: 2 2 5 7 10 15 20
Resistance Range (Ohms): 2.5m-50m 5m-100m 5m-100m 10m-120m 10m-300m 10m-300m 10m-400m

Characteristics -
Electrical

E

d

I L
W

H

I

Dimensions

Type
Dimensions

L±1.0 W±1.0 H±1.0 E ±2.0 l (Min) d±0.02

HPF4 2 18.0 7.0 7.5 9.0 33 0.8
HPF4 3 22.0 8.0 8.5 13.0 33 0.8
HPF4 5 21.5 9.5 9.5 13.0 33 0.8
HPF4 7 34.5 9.5 9.5 25.0 33 0.8
HPF4 10 48.0 9.5 9.5 33.0 33 1.0
HPF4 15 48.0 12.5 12.5 35.0 33 1.0
HPF4 20 62.5 12.5 12.5 45.0 33 1.0

Derating Curve
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How to Order

HPF 7 R10 J

Common Part
3 - 3 Watts

5 - 5 Watts

7 - 7 Watts

10 - 10 Watts

15 - 15 Watts

20 - 20 Watts

Power Dissipation

R0025 - 2.5 milli ohms

R005 - 5 milli ohms

R40 - 400 milli ohms

Resistance Value Tolerance

HPF4 - Ceramic Kelvin
Shunt J - ±5%
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Current Sense Resistors

Resistance Range: R005 - R80
Insulation Resistance: 1000 Meg ohms minimum
Maximum Current: 2 watt - 5 watt 15A, 7 watt - 10 watt 30A
Temperature Coefficient: ± 100ppm/°C
Terminal Strength: Radial 1kg - Axial 4.5kg
Measuring Point: Axial type 10mm. ± 0.5 from body

Radial type 4mm. ± 0.5 from body

W

P P

H

L

d

W

P

L

d

Key Features
■ 2 to 7 Watts Radial Ceramic

■ Very Low Inductance

■ Low Profile Version

■ R005 to R80 Value Range

■ Up to 30 Amps Current Rating

■ ±100ppm/°C Temperature 
Coefficient

Type HPR Series

The HPR Series is a radial low ohm

resistor for current sensing in a

range of instrumentation and control

equipment. Wattage ranges from

2 to 7 Watts in a slim line ceramic

package.

Dimensions

Type
Dimensions Rated Resistance

Wattage Range (Ohms)W±1.0 L±1.0 H±1.0 P±0.5 d±0.02

2 Wire
HPR 02R 14.0 5.0 18.5 10.0 0.8 2W 5m - 500m
HPR 03R 14.0 5.0 13.5 10.0 0.8 3W 5m - 500m

HPR 5R(S) 14.5 5.0 18.5 10.0 0.8 5W 5m - 600m
HPR 05R 26.0 5.0 12.0 10.0 0.8 5W 5m - 800m
3 Wire

HPR 33R 26.0 5.0 13.5 10.0 0.8 3W 10m - 470m
HPR 33R(L) 26.0 8.0 13.5 10.0 0.8 5W 10m - 470m

HPR 55R 26.0 5.0 17.0 10.0 0.8 5W 10m -470m
HPR 55R(L) 26.0 8.0 17.0 10.0 0.8 7W 10m - 470m

Characteristics -
Electrical

Derating Curve
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How to Order

HPR 05R R10 J

Common Part

See Table Above

Power / Size

R005 - 5 milli ohms

R47 - 470 milli ohms

Resistance Value Tolerance

HPR - Ceramic
Radial Shunt J - ±5%
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KNP

Derating Curve

TCR vs Resistance

Key Features
■ Flexible Manufacturing

■ Tolerances from ±0.1% to ±5%

■ Robust Silicone Moulding

■ High Power to Size Ratio

■ Temp Range -55°C to 275°C

■ Low Inductance <20 
Nanohenries

■ R005-R10 Value Range

■ Exceeds MIL-PRF-49465

Type KNP Series

Tyco Electronics Components has

utilised a unique proprietary controlled

atmosphere processing technique

which allows for greater precision in

element formation and produces

extremely stable, low resistance values.

All KNP Series  resistors are moulded in

a high temperature silicone resin. This

provides a higher dissipation or power

to size ratio. It also provides superior

heat, thermal slack and moisture

resistance. It will not peel, flake or

deteriorate with commonly used

cleaning solvents including freon.

Tyco Electronics Components Low Ohm

resistors are ideal for test instruments,

power amplifiers, all types of current

sensing applications including switch-

ing and linear power supplies. Custom

design applications are also available,

where volumes justify investment.

Characteristics -
Electrical

KNP1A KNP2A KNP3 KNP5A KNP42A KNP47
Continuous Power Dissipation (W): 1 3 4 5 3 7
Resistance Value Range: R005-R10 R005-R10 R005-R10 R005-R10 R005-R10 R005-R10
Dielectric Withstand (Vdc): 500 1000 1000 1000 1000 1500
Maximum Current (A): 12 20 20 26 22 22
Temperature Coefficient (ppm/°C): ±40 ±40 ±40 ±40 ±100 ±100

Power Dissipation - The maximum power rating depends upon the amount of heat which can be transferred to the
surroundings, and must be taken into account when selecting a resistor

Style L D Measuring
I d PitchDistance

KNP1A 10.9 3.0 30.0 38.1 0.51±0.05 –
KNP2A 15.3 5.3 34.4 38.1 0.81±0.05 –
KNP5A 23.5 7.0 45.2 38.1 1.01±0.05 –

KNP4-2A 15.0 5.1 – 32.0 0.8 ±0.05 3.2
KNP4-7A 38.1 9.5 – 32.0 0.8 ±0.05 5.1

Connection points are relevant when precise values are required.

Dimensions

L

d
D

Measuring Distance

How to Order

KNP 1A R003 J

Common Part
1A - 1 Watt

2A - 3 Watt

5A - 5 Watt

4-2A - 3 Watt

4-7A - 7 Watts

Rated Power

R003, R01, R015,
R02, R025, R03, R04,
R05, R07, R08, R10

Resistance Value Resistance Tolerance

KNP

B - ±0.1%

C - ±0.25%

D - ±0.5%

F - ±1%

E - ±3%

J - ±5%
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Current Sense Resistors

Engineering Notes
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Current Sense Resistors
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Power Resistors

Selection Guide

Choosing the right
Passives Device

FIXED
RESISTORS

SMD /
LEADED

SMD

ELEMENT

LEADED

ELEMENT

OXIDE

WATTAGE

SM

Other parameters to be aware of:

Component Size
Power Rating Required

Pin Configuration
Voltage Rating

Temperature Coefficient
Resistance Tolerance

Current Rating
Ohmic Value Range

POWER

WIRE

WATTAGE

SP

SM

THICK FILM

WATTAGE

3250

CRG

FOIL

WATTAGE

MPF

MPH

R5000

OXIDE

WATTAGE

SQ

WIRE

WATTAGE

C

ER

ES

FC

HS

HSX

TG

ME

SBC

SQ

TG

YP

CARBON

WATTAGE

CBT

CCR

CRC

THIN FILM

WATTAGE

MPR

THICK FILM

WATTAGE

BDS100

BDS250

BDS400

BDS600

MPC

MPF

R5000



Power Resistors

Product Overview
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Pow
er Resistors

Tyco Electronics has been manufacturing its CGS brand of power resistors for

over 50 years.

We offer one of the widest ranges of power resistor styles and technologies in the world;

including thick film, wire wound and foil. Within these technologies we offer standard

ranges of resistors for both the low ohm and high ohm applications, with a combination

of tolerances and temperature coefficients. Our standard resistor range offers resistors up

to 1500 watts and selected products can withstand 12kV voltage isolation.  

Our designers use only the best materials to guarantee quality and stability. Long term

endurance is a standard requirement and our in-house test facility ensures that all

products meet our own stringent test programmes.

We specialise in customisation of the power resistor range and have a first rate design

team based in our R & D facility at Swindon, Wiltshire.   

■ Market leader in power technology

■ Standard and custom designs available

■ Wide range of technologies

■ Low inductive versions available

■ Diverse market applications

■ High reliability materials

■ In house test facility

■ Highly qualified and experienced design team

■ Standard products available through distribution

■ Brand name CGS

Max Power Ohmic Value
Rating Watts Range Tolerance Technology Finish Family Page

3 R10-2M0 1-5 Wire/MF Moulded SM 45-47
3.5 R06-45K 0.1-5 Wire Moulded SP 48-49
8 R20-22K 5-10 Wirewound Silicone cement FC 50
25 R10-1K0 5 Wirewound Ceramic case SQ 51-53
40 R10-22K 5-10 Wirewound Ceramic case SBC 54-55
14 R10-100K 1-10 Wirewound Vit. enamel C 56-57
14 R01-100K 0.5-5 Wirewound Silicone ER 58-59
300 R01-100K 0.1-10 Wirewound Al. housed HS 60-63
50 R05-86K 1-10 Wirewound Al. housed HSX 64-65
500 4R7-10K 5-10 Wirewound Vit. enamel ME 66-67
130 R24-100K 5 Wirewound Glass coated TG 68-69
10 As specified 5 Wirewound Silicone YP 70

1400 2R0-350R 5 Wirewound Steel casing MRF 71
10 1R0-200K 1-5 Thick Film Ceramic plate MPC 72-73
100 R47-1M0 5-10 Thick Film Plastic moulding BDS100 74-75
400 R47-1M0 5-10 TF/Foil Plastic moulding BDS250 76-77
600 R50-100K 5-10 Thick Film Plastic moulding BDS600 78-79
20 R22-51K 1-5 Thick Film Plastic moulding MPR 80-81
30 R01-50R 0.5-5 Thick Film Plastic moulding MPF 82-83
30 R001-10R 0.5-5 Foil Epoxy MPH 84-85
250 R05-10K 10 w/w or Foil Al. housed R5000 86-87



SMD Moulded Power Resistors

Type SM Series
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Key Features
■ Low Profile Design

■ Available on Tape

■ Very Wide Value Range

■ Ideal for Power Circuitry

■ Available in 1, 2 or 3 Watts

Type SM Series

Tyco Electronics Components intro-

duces a surface mount power resistor

suited to meet today's circuit design

needs. Each size offers low profile case

design with flexible tinned copper

terminations for reliable solder joints.

All styles utilize a fully welded

construction technique, unlike other

designs that rely solely on tinned

termination connections. These

features allow the SM Series to

withstand the higher temperatures

associated with reflow, vapour

phase, or infrared (IR) manufacturing

processes without degradation.

Characteristics -
Electrical

SM (Wire) SM (Metal Film)
Values SMF1: ---- 10R – 2M
Values SM_2: R10 – 200R 201R – 2M
Values SM_3: R10 – 300R 301R – 2M
Value Grid: E24
Resistance Tolerance: 1% or 5%
Power Rating @ 25°C SMF1: ---- 1.0 Watt
Power Rating @ 25°C SM_2: 2.0 Watts
Power Rating @ 25°C SM_3: 3.0 Watts
Derating: See Curve Below
Max Operating Voltage SMF1: ---- 300 Volts
Max Operating Voltage SM_2: 300 Volts
Max Operating Voltage SM_3: 500 Volts

Environmental

Test Condition SM (Wire) SM (Metal Film)
Temperature Coefficient -55°C ~ +200°C ± 200ppm /°C ± 100ppm /°C
of Resistance:
Short Time Overload: 5 times of rated wattage for 5 sec. ± 1% ± 0.5%
Rated Load: Rated voltage for 30 minutes ± 1% ± 0.5%
Insulation Resistance: 500V megger. 10,000 MΩ 10,000 MΩ
Load Life: 70°C on-off cycle 1,000hrs. ± 2% ± 1%
Humidity Load Life: 40°C - 95% RH on-off cycle 500hrs. ± 2% ± 1%

Power Derating

-80 -50 -40 0 20 40 80 120 160 200 240 280

100

75

50

25

0

Ra
te

d 
Lo

ad
 (%

)

Ambient Temperature (°C)

Maximum Allowable Body Temperature

0 0.5 1.0 1.5 2.0 2.5 3.0

200

150

100

50

0

Te
m

pe
ra

tu
re

 R
is

e 
(°

C)

Power (W)

SMW3W
160°CSMW2W

135°C

SMW1W



SMD Moulded Power Resistors

Type SM Series (continued)

Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

47

Pow
er Resistors

Dimensions

A ±0.3 B ±0.3 C ±0.3 D ±0.3 E max F±0.3 Qty Per Reel
SMF1 4.0 6.7 1.4 3.55 7.9 1.5 2500
SM_2 4.0 6.7 1.4 3.55 7.9 1.5 2000
SM_3 5.5 10.5 1.7 5.0 12.0 2.3 1000

E

A

D

B

C

F

SMW 2 1R0 F T

Common Part

1 – 1 Watt

2 – 2 Watts

3 – 3 Watts

Case Size
0.1 ohm

(100 milli ohms) R10
1 ohm

(1000 milli ohms) 1R0
100 ohm

(100 ohms) 100R
1K ohm

(1000 ohms) 1K0
100K ohm

(100,000 ohms) 100K

Resistance Value Tolerance

SMW – Wirewound

SMF – Metal Film

J – ±5%

F – ±1%

Pack Style

T – Taped

How to Order
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Key Features
■ Low Profile Design

■ Available on Tape
(3 Reel Sizes)

■ Very Wide Value Range

■ Ideal for Current Sensing

■ Up to 3.0 Watts Power

■ High TCR Versions
(to 6000ppm)

■ Stable to 5ppm/°C

Type S Series

Tyco Electronics Components intro-

duces a range of surface mount power

resistors to meet today's circuit design

needs. One design concept allows an

engineer to choose from three styles (Lo

Ohm, Power, or Ultra Precision) while

staying within the new standard circuit

board land pattern guidelines now

accepted by the wirewound resistor

industry. Each size offers low profile

case  design with flexible tinned copper

terminations for  reliable solder joints. All

styles utilise a fully welded construction

technique, unlike other designs that

rely solely on tinned termination

connections. These features allow the

S Series to withstand the higher

temperatures associated with reflow,

vapour phase, or infrared (IR) manufac-

turing processes without degradation.

Characteristics -
Electrical

"SL" Lo Ohm "SP" Power "SU" Precision
Values S1/2: R01 - R05 R06 - 1K4 ----
Values S1: R005 - R075 R10 - 5K0 1R0 - 300K
Values S2: R005 - R099 R10 - 10K 1R0 - 1 Meg
Values S3: R005 - R099 R10 - 45K 1R0 - 2 Meg
Grid: E24 E96 E192
Resistance Tolerances: 1%, 3%, 5%. 0.1% to 5%. 0.005% to 1%.
Power Rating @ 25°C S1/2: 0.5 Watt 0.75 Watts ----
Power Rating @ 25°C S1: 1 Watt 1.5 Watt 0.125 Watts
Power Rating @ 25°C S2: 2 Watts 2.5 Watts 0.250 Watts
Power Rating @ 25°C S3: 3 Watts 3.5 Watts 0.500 Watts
Derating: See Curve Below See Curve Below See Curve Below
Max. Operating Voltage S1/2: √Power x Resistance 33 Volts ----
Max Operating Voltage S1: √Power x Resistance 58 Volts 100 Volts
Max Operating Voltage S2: √Power x Resistance 127 Volts 300 Volts
Max Operating Voltage S3: √Power x Resistance 212 Volts 400 Volts
Inductance: < 7 Nanohenries ---- ----

Temperature Coefficient
of Resistance

Range (L) Low Ohm (P) Power (U) Precision
R005 - R20 <100 PPM
R10 - R99 ±30ppm
1R0 - 10R ±20ppm ±25ppm
11R - 99R ±90ppm ±10ppm

100R and over ±50ppm ±10ppm

NB: High TCR Type Available to 6000ppm/°C

Electrical

Typical ∆R
Solder Immersion: 260°C for 10 seconds. 0.1%
Load Life: 2000 hours at rated power at 25°C. 0.2%
Moisture Resistance: 240 hours with humidity ranging from 80% RH to 98% RH. 0.1%
Thermal Shock: -55°C for 15 minutes no load. 0.1%
Dielectric Withstand: 1000 Volts.
Short Term Overload: 5 times rated power for 5 seconds 0.1%
Solderability: 95% coverage within 1/16" of contact point. ----
Flammability: UL94V Rating. ----

Power Derating
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Dimensions

Size Length Width Height Stand Off Pad Width Pad Length
(L) (W) (H) (S) (PW) (PL)

S 1/2 5.46 3.18 2.54 n/a 1.27 1.02
S1 6.48 3.81 2.84 0.50 1.27 1.25
S2 12.14 5.84 5.33 0.50 2.54 2.54
S3 15.24 7.00 6.48 0.50 2.29 1.27

PL

SL

W

H

PW

.006 FLAT LEAD THICKNESS

Type H J X Y
S 1/2 1.91 4.45 1.78 2.54

S1 3.43 5.97 2.03 2.54
S2 6.98 10.54 3.05 3.56
S3 10.42 14.78 2.80 3.56

Land Pattern

S L 1 1R0 J T

Common Part

L - Low Ohmic

P - Power

U - Precision

Resistor Type Case Size

S - Standard Part

1/2 - 5.5 x 3.2

1 - 6.5 x 3.8

2 - 12.1 x 5.9

3 - 15.3 x 7.0

Resistance Value

K ±10%
J ±5%
E ±3%
F ±1%

D ±0.5%
C ±0.25%
B ±0.1%
A ±0.05%
Q ±0.02%
T ±0.01%
Z ±0.005%

Absolute Tol.
at +25°C

Pack Style
0.1 Ohm

(100 milli ohms)
R10

1 Ohm
(1000 milli ohms)

1R0

1K Ohm
(1000 Ohms)

1K0

L - Loose Piece

R - S_1 500 pcs
7” Reel

S - S_1 1000 pcs
13” Reel

W - S_2 1000 pcs
13” Reel

How to Order

Cleaning Conditions

After soldering use cleaning solvents such as chlorosen, dyefreon, suitable aqueous or semi aqueous cleaner.

Storage

To prevent damage to the electrode, be sure to observe the following cautions for storage.

• Store in 40°C maximum ambient temperature, and 70% maximum R.H.
• For maximum possible shelf life do not disturb polythene sleeve until you are ready to use.
• Store where there are no harmful gases containing sulphur or chlorine.

Y

X

H

Y
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Key Features
■ Up to 8 Watts at 70°C

■ Low Cost

■ Choice of Height Profiles

■ Flame Retardant

■ Proven Reliability

■ Resistant to PCB Solvents

■ Mechanized Assembly

■ Widely Available via 
Distribution

Type FC Series

This small size pluggable, high power

resistor is a popular product in the

Tyco Electronics Components CGS

range. The resistors are wirewound on

to an inert core of glass fibre. The leads

and end cap assemblies are firmly

crimped onto the core and winding. A

particularly resilient silicone cement

coating provides an insulating, humidity

proof and flameproof seal. They are

available in a choice of height profiles

and the FCX type can be supplied with

axial leads. The FC Series is widely

used in monitors, power supplies, white

goods and brown goods where a low

cost, high power resistor is required.

Dimensions

Characteristics -
Electrical

FC2 FC4 FC6 FC8 FC10
Watts at 70°C: 2.0 4.0 5.0 6.5 8.0
TCR400 - 50ppm°C: R20-R30 R30-R39 R47-R56 R68-R91 R91-1R2
TCR+40/80ppm°C: R33-47R R47-82R R68-120R 1R0-220R 1R3-250R
TCR-20ppm°C: 56R-3K9 100R-5K6 150R-15K 270R-20K 270R-22K

Environmental

Resistance Tolerance: ± 5% ± 10% (<1R0 = ± 10%)
Shelf Life: ∆R 2% maximum after 3 years
Load Life: ∆R 3% maximum after 1000 hours, rated power
Overload: ∆R 2% maximum after 10 x rated power 5 seconds
Climatic Category: 55/200/56 ∆R 3% maximum
Maximum Continuous Operating Voltage: √(Power x Resistance) or AC RMS
Flammability: BS415 Clause 20:1
Marking: Resistance Value - Resistance Tolerance - Lot no.

Style N ±0.2 P (Max.) Nom. Weight (g)
FC2 10.2 19.2 1.2
FC4 15.2 24.2 1.3
FC6 25.4 34.4 1.6
FC8 35.6 44.6 1.8
FC10 45.7 54.7 2.1

How to Order

FC A 4 1K0 J

Common Part
A - Low Profile Standoff

Radial

B - High Profile Standoff
Radial

X - Axial Leaded
Resistor

Resistor Package
2 - 2 Watts

4 - 4 Watts

6 - 5 Watts

8 - 6.5 Watts

10 - 8 Watts

Power Rating @ 70°C Resistance Value

FC - Fibre
Core Resistor

0.1 Ohm
(100 mille Ohms) R10

1.0 Ohm
(1000 mille ohms) 1R0

1K Ohm
(1000 Ohms) 1K0

Tolerance

J - 5%

K - 10% below 1R0

Power Derating Curve Temperature Curve
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Key Features
■ Choice of Styles

■ Bracketed Types Available

■ Temp. Op. -55°C to +250°C

■ Wide Value Range

■ Stable TCR 300ppm/°C

■ Custom Designs Welcome

■ Inorganic Flame Proof 
Construction

Type SQ Series

This flexible range of Power Wirewound

Resistors either have wire or power

oxide film elements. The SQ series

resistors are wound or deposited

on a fine non- alkali ceramic core then

embodied in a ceramic case and

sealed with an inorganic silica filler.

This design provides a resistor with

high insulation resistance, low surface

temperature, excellent T.C.R., and

entirely fire proof construction. These

resistors are ideally suited to a range of

areas where low cost, and efficient

thermal performance are important

design criteria. Metal film cores

adjusted by laser spiral are used where

the resistor value is above that suited to

wire. Similar performance is obtained

although short time overload is slightly

derated.

Type SQP - Horizontal

Characteristics -
Electrical

Test Condition Performance
Resistance Temperature Coeff. -55°C ~ 155°C ± 300ppm/°C
*Short Time Overload: 10 times rated power for 5 seconds ± 2%
Rated Load: Rated power for 30 minutes ± 1%
Voltage Withstand: 1000V AC 1 minute no change
Insulation Resistance: 500V megger 1000 Meg
Temperature Cycle: -30°C ~ 85°C for 5 cycles ± 1%
Load Life: 70°C on-off cycle for 1000 hours ± 5%
Moisture-proof Load Life: 40°C 95% RH on-off cycle 1000 hours ± 5%
Incombustability: 16 times rated wattage for 5 minutes No flame
Max. Overload Voltage: 2 times max. working voltage
*Metal Film Elements: Short time overload 5 times rated power, 5 seconds

Power Dimensions Resistance Range Max. Working
Rating W ± 1 H ± 1 L ± 1.5 d ± 0.05 l ± 0.3 Wire Metal Film Voltage

2W 7 7 18 0.65 23 R10 - 82R 83R - 10K 150V
3W 8 8 22 0.8 35 R10 - 180R 181R - 33K 350V
5W 10 9 22 0.8 35 R10 - 180R 181R - 50K 350V
7W 10 9 35 0.8 35 R10 - 430R 431R - 50K 500V
10W 10 9 48 0.8 35 R10 - 470R 471R - 50K 750V
15W 12.5 11.5 48 0.8 35 R50 - 600R 601R - 150K 1000V

20W - 25W 14 13.5 60 0.8 35 R50 - 1K0 1.1K - 150K 1000V
Rated Continuous Working Voltage (RCWV)
RCWV:    Rated Power x Resistance Value or Maximum Working Voltage listed above whichever is lower

Type SQH - Horizontal
with Solder Lugs

Power Dimensions Resistance Range
Rating W ± 1 H ± 1 L ± 1.5 P H1± 1 D±0.5 P1±0.2 P2±0.2 Wire Metal Film
10W 10 10 48 32 ±1 21 5 2.5 1.7 R50 - 600R 601R - 50K
15W 12.5 11.5 48 32 ±1 21 5 2.5 1.7 1R0 - 600R 601R - 50K
20W 14.5 13.5 60 42 ±1 24 6 3.0 2.5 1R0 - 1K0 1K1 - 50K
30W 19 19 75 55 ±2 31 7.5 – – 1R0 - 2K0 –
40W 19 19 90 67 ±2 31 7.5 – – 1R0 - 2K0 –

Type SQB - Horizontal with
Solder Lugs and Bracket

Power Dimensions
Rating A ± 0.5 B ± 0.5 C ± 0.5 G ± 0.5
10W 8.0 5.0 12.0 3.0
15W 8.0 5.5 12.0 3.0
20W 8.0 5.5 12.0 3.0
30W 10.5 8.0 18.0 3.5
40W 10.5 8.0 18.0 3.5

35 ±3
2W: 23 ±3

L

d

W

H
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Type SQM - Vertical

Power Dimensions Resistance Range
Rating W ± 1 H ± 1 S ± 1.5 P ± 2.0 Wire Metal Film

2W 11 20 7 5 R10 - 82R 83R - 10K
3W 12 25 8 5 R10 - 180R 181R - 33K
5W 13 25 9 5 R10 - 180R 181R - 50K
7W 13 39 9 5 R10 - 430R 431R - 50K
10W 13 51 9 5 R10 - 470R 471R - 75K

10WS 16 35 12 7.5 R10 - 360R 361R - 100K
N.B. Custom design versions in wire at low tolerances, better T.C.R., and higher ohmic values are available to special order.
Please enquire.

Type SPS - Vertical Mounting
with Stabilising Bracket

Power Dimension Resistance Range
Rating L ± 1.5 K ± 0.5 Wire Metal Film

7W 48 8.5 R10 - 430R 431R - 50K
10W 60 20 R10 - 470R 471R - 50K

Type SQZ - Horizontal
Pluggable

Power Dimensions Resistance Range
Rating W±1 H±1 L±1.5 P±1.5 P1 P2 P3 P4 H1±1 H2±1 Wire Metal Film

5W 10 10 28 15 4.2 2 5 1.5 25 10.5 R10 - 130R 131R - 50K
7W 10 10 36 20 4.2 2 5 1.5 25 10.5 R10 - 430R 431R - 50K
10W 10 10 48 32 4.2 2 5 1.5 25 10.5 R20 - 470R 471R - 50K
15W 12.5 12 48 32 4.2 2 5 1.5 26 10.5 1R0 - 600R 601R - 150K

20W-25W 15 13 60 42 7 6 10 2.7 36 15.0 1R0 - 1K0 1K1 - 150K
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Power Derating Curve
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How to Order

SQP W 20 1R0 F

Common Part

W - Wire

R - Metal Film

Element

2 - 2 Watts

3 - 3 Watts

5 - 5 Watts
etc

Rated Power Resistance Value

SQP - Axial Type
SQZ - Pluggable Type
SQM - Vertical Type
SPS - Vertical Type

SQH - Horizontal Type
SQB - Horizontal Type

(with bracket)

0.1 ohm
(1 milliohm) R10

1 ohm
(1000 milliohms) 1R0

1K ohm
(1000 ohms) 1K0

1M ohm
(1000000 ohms) 1M0

Resistance Tolerance

F - ±1%

G - ±2%

J - ±5%

K - ±10%

Load Against Temperature
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Key Features
■ Up to 17 Watts

■ Fusible Styles

■ Vertical or Axial

■ Non Flammable

■ Special Solvent Resistance

■ Customer Specials Invited

■ Widely Available from 
Distribution

This range of Power Wirewound

Resistors is wound on continuous glass

fibre elements or has a ceramic core

depending on resistance value. The

element is housed in a ceramic case

and sealed with an inorganic

silica filler. Their construction gives a

resistor with high insulation resistance

and low surface temperature, capable

of withstanding high overload currents.

These resistors are ideally suited to a

variety of applications within industrial

and commercial environments, where

performance and reliability are of prime

importance. Applications include fan

force ovens, cooker hoods, power sup-

plies and triac based speed controls.

Custom Design Variants in value and

style are welcomed.

Characteristics - 
Electrical

Resistance Values: Series E24 5% E12 10% (see tables for value limits per style)
Resistance Tolerance: ±5% ±10%
Maximum Continuous Voltage: √P x R
Load Life: ∆R <±3% 1000 hours at 70°C
Power Rating: See Surface Temperature Curve (below)

Environmental and Mechanical

Temperature Coefficient of Resistance: 200ppm/°C (400ppm/°C below 18R)
Resistance to Solder Heat: ∆R < 0.2% (350°C for 2.5 seconds)
Voltage Coefficient of Resistance: Negligible
Temperature Range: 0°C to 70°C
Load Stability: ∆R < 5% (full load at 70°C for 1000 hours)
Long Term Damp Heat: ∆R < 0.2% (21 days at 40°C for 93% humidity)
Shelf Life: ∆R < 1.0% (per 12 months)
Insulation Resistance: > 10000M
Dielectric Strength: 2000V RMS
Lead Material: Steel - Solder coat
Marking: Legend mark, Manufacturer name, type, ohmic value

and tolerance.

Type SBC (Square Ceramic)
Series

Type SBC - SBCH (Axial Power Resistor)
We offer three ceramic profiles for the main wattage sizes.
These are for additional heat dissipation and vertical mounting of resistors.
The suffix for each style is as follows:-

SBC Standard SBCH 4/5/6/7 SBCH 8/11/15

Type SBCHE (For Vertical Mounting)
We offer SBCHE Styles with one lengthened lead for vertical mounting. See additional hardware on last page.

One Lead Length 20mm longer than case length. Supplied with one longer lead wrapped back in flute in ceramic.

Surface Temperature
Rise Curve

Derating Curve
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Model Power Ohmic Values Dimensions
Max Min Max A B L

SBCLF-4 4 W 2R2 2K2 10 9 25
SBCLF-5 5.5 W 2R2 5K6 10 9 38
SBCLF-7 7 W 3R3 8K2 10 9 50
SBCLF-10 10 W 4R7 12K 10 9 75
Solder for fuse is SnPb 60:40

Type SBC - (No Flutes in Ceramic)

Model Power Ohmic Values Dimensions Weight
Max Min Max A B L Grams

SBC-2 4 W R20 6K8 6.4 6.4 20 2.3
SBC-4 5 W R30 10K 6.4 6.4 25 2.9
SBC-6 7 W R47 22K 6.4 6.4 38 4.2
SBC-8 9 W 1R0 8K2 9 9 38 7.4
SBC-11 11 W 1R0 22K 9 9 50 10.8
SBC-15 17 W 1R0 22K 9 9 75 15.3

Model Power Ohmic Values Dimensions Weight
Max Min Max A B L Grams

SBCH-4 4 W R20 6K8 7 8 20 2.2
SBCH-5 5 W R30 10K 7 8 25 3.5
SBCH-6 7 W R47 22K 7 8 38 5.0
SBCH-7 7 W R33 10K 9 10 25 6.0
SBCH-8 9 W 1R0 8K2 9 10 38 8.0
SBCH-11 11 W 1R0 22K 9 10 50 10.0
SBCH-15 17 W 1R0 22K 9 10 75 15.0

L = Length of Ceramic Section

Type SBCH - (Flutes in Ceramic)

Type SBCLF - (Externally Fused Style)

Model Power Ohmic Values Dimensions
Max Min Max A B L

SBCV-6 7 W R47 22K 10 9 25
SBCV-8 9 W 1R0 8K2 10 9 38
SBCV-11 11 W 1R0 22K 10 9 50
SBCV-15 17 W 1R0 22K 10 9 75
Lead drawn through hole in ceramic

Type SBCV - (Vertical Mount Style)

SBCH - 4, 5, 6 SBCH - 7, 8, 11, 15

N.B. All resistors are supplied with arklone proof seal

SBCH 6 1K0 J

Common Part

See Relevant Table

Size

0.2 Ohm
(200 milli Ohms) R20

1 Ohm
(1000 milli Ohms) 1R0

1K Ohm
(1000 Ohms) 1K0

Resistance Value Tolerance

SBCH - Axial

SBCV - Vertical

SBCLF - Vertical Fusible

SBCHE - Axial / Vertical
One Long Lead

J - ±5%

K - ±10%

How to Order
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Key Features
■ Vitreous Enamel Coated

■ Quality Approved

■ Up to 14 Watts Power

■ All Welded Construction

■ Overload 10 x 5 Seconds

■ Ammo Packed or Reeled
(3-7 Watt)

Type C Series

Tyco Electronics Components has

offered the 'C' Series of Vitreous

Enamelled Wirewound Resistors for

more than 25 years and as a result

of continuous development and

investment in the latest production

equipment now supplies a product with

a proven record of reliability and quality.

These economically priced resistors are

capable of dissipating high power

from a relatively small size in harsh

environmental conditions. The resistors

are manufactured from quality materials

for optimum reliability and stability.

Characteristics - 
Electrical

Environmental

Climatic Category 55/200/56: ∆R Typically less than 1%
Solder Heat 260° for 5 Seconds: ∆R Less than 0.1%

C3A C7 C10 C14
Wattage at 40°C: 4 7 10 14
Ohmic Value (Min): R10 R10 R10 R10

(Max): 10K 27K 47K 100K
Limiting Element Voltage (DC/AC RMS): 200 350 500 650
Resistance Tolerance: 10%, 5%, 2%

(1% by request on a limited value range)
Temperature Coefficient of Resistance (Ohmic Value): Above 1R0   90ppm/°C
Overload Resistance Change (Up to 10x rated wattage for 5 secs): ∆R Less than 1%
Load Life stability at Rated Wattage (Resistance Change): 1000 Hours    ∆R Less than 3%

8000 Hours    ∆R Less than 5%
Shelf Life Stability (Resistance Change): 2 Years     ∆R Less than 0.25%
Power Derating: Derate from 40°C linearly to zero at 350°C

Surface Temperature v Power Dissipation -
C3A C7
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Pow
er Resistors

Packaging Bandolier

How to Order
C3A 680R J T

Common Part

0.1 ohm (100 milliohms)
R10

1.0 ohm (1000 milliohms)
1R0

1K ohm (1000 ohms)
1K0

Resistance Value

G - ±2%

J - ±5%

K - ±10%

Tolerance Pack Style

C3A - 3 Watt
C7 - 7 Watt

C10 - 10 Watt
C14 - 14 Watt

R - Bandoliered Reel

T - Bandoliered
Ammo Pack

L - Loose
(C10 & C14 only)

C10/C14 - packed in cardboard sleeves in multiples of 25.

C3A - Ammo 500 Reeled 1000

C7 - Ammo 250 Reeled 500

Type L D d I Measuring
Distance

C3A 13.0 5.7 0.8 35.0 30.7
C7 22.0 8.5 0.8 35.0 37.7
C10 38.1 8.5 0.8 35.0 52.8
C14 53.3 8.5 0.8 35.0 69.5

Dimensions

L

d
D

Measuring Distance
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Key Features
■ High Power Dissipation

■ Tough Silicone Coating

■ Special Pulse Styles 
Available

■ 0.5% Tolerance Available

■ Resistant to Most Solvents

■ Vertical Mount Styles 
Available

■ Custom Designs Welcomed

■ Widely Available via 
Distribution

Type ER/ERV Series

A tough silicone coated power resistor.

The coating and marking are resistant

to Trichloroethene VG, Genklene LV Hot

and Cold, Freon TE, Arklone A,

Flourosil E, Freon TMS, Arklone L Hot

and Cold and Arklone F Hot. If the

resistor is in contact with the PCB the

maximum dissipation to avoid damage

to the PCB may be ascertained by

reference to the hot spot temperature

graph. Vertical mounting style is

available. The ER series is suited to a

wide range of industrial, control,

medical and consumer applications.

Characteristics - ER Series
Electrical

ER74 ER58 ER16 ER17
Power Rating (W) at 40°C: 3W 7W 11W 14W
Power Rating (W) at 70°C: 2.5W 6W 9W 12W
Resistance Range: R03-10K R07-20K R13-68K R20-100K
Maximum Element Volts: 100V 200V 500V 750V

Characteristics - ERV Series
Electrical

ERV74 ERV58 ERV16
Power Rating (W) at 20°C*: 3W 7W 11W
Power Rating (W) at 70°C*: 1.5W 3W 5W
Resistance Range: R10-3K9 R10-6K8 R15-27K
Maximum Element Volts: 100V 200V 500V

* When mounted in the horizontal and vertical plane only - inverted mounting may result in heat damage of the PCB
- Consult Technical Department

Power Ratings
Dissipation / Ambient Temperature

Environmental

Temperature Category: -55°C to 200°C
Humidity Classification: 56 days
Standard Tolerances: ER Series < 1 ohm ± 10% ~ > 1 ohm ± 5%

ERV Series E24 - 5% ~ E12 10%
Tolerances of down to: ± 0.5% are available
Load Life Stability: ± 5%
Temperature Coefficient*: < 1 ohm 0 ± 200ppm/°C maximum

> 1 ohm 0 + 60 ppm/°C typical
*Very low temperature coefficients to ± 20ppm/°C are available to special order

Solderability conforms to: BS 2011 Test 2.1 Ta Solder bath method
(IEC 68-2-20) Wets in < 2 seconds

Termination Robustness: BS 2011 Test 2.1 Ua withstands 0.5 kg tensile load 
and double bend with 0.25 kg load

Endurance - 1000hrs @ 200°C: ∆R  -0 +2%
Overload: 10 time rated dissipation for 5 seconds ∆R ± 0.5%
Humidity: 56 days/95% R.H./ +_45°C -0 +5%
Temperature Rapid Change: ∆R  ± 0.03%

Power Ratings
Hot Spot Temperature @ 40°C
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Pow
er Resistors

Style 74 Style 58

Style 16

L

d
D

Dimensions

• Resistance measured 6mm either side of body.

• Supplied in standard packs in arrays of 5 resistors with
snap links for handling.

Power Ratings (continued)

Type L D l d
ER74 13.5 6.0 38.0 0.8
ER58 22.2 8.0 38.0 0.8
ER16 38.1 8.0 38.0 0.8
ER17 53.5 8.0 38.0 0.8

Type A B C
ERV74 19.0 5.6 9.7
ERV58 29.0 8.0 10.6
ERV16 43.0 8.0 10.6

1 2 3 (W)

(K)

100

50

0

VH

1 2 3 4 5 6 7 (W)

(K)

100

50

0

VH

1 2 3 7 9 11 (W)

(K)

100

50

0

VH

How to Order

ER 74 100R J T

Common Part

74 - 3W

58 - 7W

16 - 11W

17 - 14W

ER17 not
available in ERV

Power Rating
at 40°C

0.1 ohm 
(100 milli ohms) R10

1 ohm
(1000 milli ohms) 1R0

1K ohm
(1000) ohms) 1K0

Resistance Value Tolerance

ER - Silicone Coated

ERV - Silicone Coated

Vertical Mount

D - ±0.5%

F - ±1%

G - ±2%

J - ±5%

K - ±10%

Pack Style

T - Ammo Packed

6P - 6mm Boot
(Boots on ERV Only)
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Key Features
■ Established product with 

proven reliability
• Leading the way with 

over 50 years of design
and manufacturing
experience

■ 5 Watts to 300 Watts
(500 Watt and 1000 Watt 
versions available)
• Largest range on the 

market
■ Versatile product

• Bench mark in every 
industry

■ Custom designs
• Windings, terminations, 

mountings - We have
a solution for your
application

■ Low resistance, low
inductance and higher 
voltage versions available
• Specialising the

standard

Type HS Series

Tyco Electronics Components is
the leading European supplier of
standard and custom designed
aluminium housed resistors for
general-purpose use, power supplies,
power generation and the traction
industry. The HS is a range of extreme-
ly stable, high quality wire wound
resistors capable of dissipating high
power in a limited space with
relatively low surface temperature. The
power is rapidly dissipated as heat
through the aluminium housing to a
specified heatsink.
The resistors are made from quality
materials for optimum reliability and
stability. Tyco Electronics Components
can test resistors to conform to
relevant international, MIL or customer
specifications.
Tyco Electronics Components is
happy to advise on the use of resistors
for pulse applications and to supply
information for high voltage
use and low-ohmic value, alternative
mountings and termination type.

Electrical

Long Term Stability: For improvements in long-term stability, resistors must be derated as follows;
for 50% of stated ∆R maximum dissipation must not exceed 70% of rating; 
for 25% of stated ∆R maximum, dissipation must not exceed 50% of rating

Insulation Resistance: Dry: 10,000MΩ minimum. After moisture test: 1000MΩ minimum.
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal resistance is

acceptable, up rating is not recommended.
The use of proprietary heat sink compound to improve thermal conductivity is
recommended for optimum performance of all sizes but essential for
HSC200, HSC250 & HSC300

Specification: Temperature coefficient below 100R, 50ppm/°C
Temperature coefficient above 100R, 30ppm/°C
Tolerance, 5% standard: 10%, 3%, 2%, 0.5% & 0.25% available
Tolerance for values below R10, 10% standard

Characteristics - Electrical
HSA & HSC - 5 Watts to 75 Watts

HSA5 HSA10 HSA25 HSA50 HSC75
Dissipation @ 25°C with Heatsink (Watts): 10 16 25 50 75
Without Heatsink: 5.5 8 12.5 20 45
Ohmic Value Min (Ohms): R01 R01 R01 R01 R05
Max: 10K 15K 36K 100K 50K
Maximum Working Voltage (DC or ACrms) Volts: 160 265 550 1250 1400
Dielectric Strength (AC Peak) Volts: 1400 1400 2500 2500 5000
Stability (% resistance change, 1000 hours) (%): 1 1 1 1 2
Standard Heatsink - Area (mm2): 41500 41500 53500 53500 99500
Thickness (mm): 1 1 1 1 3
Number of Mounting Holes: 2 hole 2 hole 2 hole 2 hole 4 hole

Characteristics - Electrical
HSC - 100 Watts to 300 Watts

HSC100 HSC150 HSC200 HSC250 HSC300
Dissipation @ 25°C with Heatsink (Watts): 100 150 200 250 300
Without Heatsink: 50 55 50 60 75
Ohmic Value Min (Ohms): R05 R10 R10 R10 R10
Max: 100K 100K 50K 68K 82K
Maximum Working Voltage (DC or ACrms) Volts: 1900 2500 1900 2200 2500
Dielectric Strength (AC Peak) Volts: 5000 5000 5600 5600 5600
Stability (% resistance change, 1000 hours) (%): 2 2 3 3 3
Standard Heatsink - Area (mm2): 99500 99500 375000 476500 578000
Thickness (mm): 3 3 3 3 3
Number of Mounting Holes: 4 hole 4 hole 6 hole 6 hole 6 hole

Applications
■ Braking Resistor
■ Balancing Resistor
■ Capacitor Charging &

Discharging
■ Crowbar

■ Filter
■ Electrical Machinery

general use
■ Available through

Distribution
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Pow
er Resistors

R

N J

M

L

N J

H

R

M

L

H

M

L

H H

N J

R

P U

T

2 x Mounting Hole

HSA5 - 2.4mm

HSA10 - 2.4mm

HSA25 - 3.3mm

HSA50 - 3.3mm

4 x Mounting Hole

HSC75 - 4.4mm

HSC100 - 4.4mm

HSC150 - 4.4mm

6 x Mounting Hole

HSC200 - 5.3mm

HSC250 - 5.3mm

HSC300 - 6.5mm

Dimensions -
HSA5 - HSA50

HSC200+

HSC75 - HSC150

Type H±0.3 J±0.3 K±0.2 L Max M Max N Max P Max R Min T±0.5 U Max
HSA5 11.3 12.4 2.4 17.0 30.0 17.0 9.0 1.9 3.4 2.5
HSA10 14.3 15.9 2.4 21.0 36.5 21.0 11.0 1.9 5.2 3.2
HSA25 18.3 19.8 3.3 29.0 51.8 28.0 15.0 2.8 7.2 3.2
HSA50 39.7 21.4 3.3 51.0 72.5 30.0 17.0 2.8 7.9 3.2
HSC75 29.0 37.0 4.4 49.0 71.0 47.5 26.0 5.0 11.5 3.5
HSC100 35.0 37.0 4.4 65.5 87.5 47.5 26.0 5.0 11.5 3.5
HSC150 58.0 37.0 4.4 98.0 122.0 47.5 26.0 5.0 11.5 3.5
HSC200 35.0 57.2 5.3 90.0 143.0 73.0 45.0 5.6 22.2 6.75
HSC250 44.5 57.2 5.3 109.0 163.0 73.0 45.0 5.6 22.2 6.75
HSC300 52.0 59.0 6.5 128.0 180.0 73.0 45.0 6.0 22.2 6.75

Product Specifications - 
HSA5 - HSC150 HSC200 - HSC300

L

4.
0

5.0

20.0

25.0

Thread M6

Type L
HSA5, 10 7
HSA25, 50 10

HSA75, 100, 150 8
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Derating Curve HSA5 to HSA50
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Pow
er Resistors

How to Order

HS A 50 680R J

Common Part Mounting Style
10 Watt = HSA5
16 Watt = HSA10
25 Watt = HSA25
50 Watt = HSA50
75 Watt = HSA75

etc

Power Rating Resistance Value

HS- Standard
NHS - Low
Inductance

0.1ohm
(100 mille ohms)

R10

1ohm
(1000 mille ohms)

1R0

1K
(1000 ohms)

1KO

Tolerance
F - 1%

G - 2%

E - 3%

J - 5%

K - 10%
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Series resistor may be increased for overloads of 100mS to 60S

For resistor mounted on standard heatsink, related to power dissipation
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Surface Temperature Rise

Power Overload

A - Single Opposing
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Key Features
■ 10mm Creep Distance

• High voltage
performance up to 3.5kV

■ Broad Range of Options 
and Custom Design 
Capability
• The solution for your 

application

■ Special Pulse Variants 
Available
• Maximised wire wound 

element technology for 
high pulse energy
absorption

■ Wide Resistance range: 
0.5Ω– 86kΩ
• Coupled with 1%

tolerance gives ultimate 
design flexibility

■ Proven Reliability
• Benefits from over 50 

years of HS resistor 
design and manufacture

Type HSX Series

Tyco Electronics Components is
the leading European supplier of
standard and custom designed
aluminium housed resistors for
general-purpose use, power supplies,
power generation and the traction
industry. The HSX range consists of
extremely stable, high quality wire
wound resistors capable of dissipating
high power in a limited space with
relatively low surface temperatures.
The power is rapidly dissipated as
heat through the aluminium housing to
a specified heatsink. The HSX offers
increased creep distance by virtue of
a remodelled and extended nose
cone.
The resistors are made from quality
materials for optimum reliability and
stability. Tyco Electronics Components
can test resistors to conform to rele-
vant  international, MIL or customer
specifications.
Tyco Electronics Components is
happy to advise on the use of
resistors for pulse applications and to
supply information for high voltage
use and low-ohmic value, alternative
mountings and termination type.

Characteristics - 
Electrical

HSX25 HSX50 HSX50+
Dissipation @ 25°C with Heatsink (Watts): 25 50 50
Without Heatsink: 12.5 20 20
Ohmic Value Min (Ohms): R05 R05 R05
Max: 36K 86K 86K
Maximum Working Voltage (DC or ACrms) Volts: 500V 1250V 1250V
Dielectric Strength (AC peak) Volts: 3.5kV 3.5kV 3.5kV
Insulation Resistance @ 500V (Ohms): >10GΩ >10GΩ >10GΩ
Creep Distance (mm): 5 5 10
Stability (% resistance change, 2000 hours) (%): ≤ 2% ≤ 2% ≤ 2%
Temperature Coefficient ppm/°C: <±50ppm/°C <±50ppm/°C <±50ppm/°C
Environmental Category: -55/200/56 -55/200/56 -55/200/56
Long Term Stability: For improvements in long-term stability, resistors must be derated as follows;

for 50% of stated ∆R maximum dissipation must not exceed 70% of rating; 
for 25% of stated ∆R maximum, dissipation must not exceed 50% of rating

Insulation Resistance: Dry: 10GΩ minimum. After moisture test: 1GΩ minimum.
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal resistance is

acceptable, up rating is not recommended.
The use of proprietary heat sink compound to improve thermal conductivity is
recommended for optimum performance.

Specification: Temperature coefficient below 100R, 50ppm/°C
Temperature coefficient above 100R, 30ppm/°C
Tolerance, 5% standard: 10%, 3%, 2%, 0.5% & 0.25% available.
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C (Creep Distance)

Dimensions

Type C Min H±0.3 J±0.3 K±0.3 L Max M Max N Max P Max R Min T±0.5 U Max
HSX25 5 18.3 19.8 3.3 29.0 51.8 28.0 15.0 2.8 7.2 3.2
HSX50 5 39.7 21.4 3.3 51.0 72.5 30.0 17.0 2.8 7.9 3.2
HSX50+ 10 39.7 21.4 3.3 51.0 72.5 30.0 17.0 2.8 7.9 3.2

Applications
■ High Voltage
■ Filter
■ Crowbar
■ Braking

■ Balancing
■ Capacitor Charging & 

Discharging
■ Electrical Machinery
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Pow
er Resistors

Derating Curve Pulse Energy

Power Overload Surface Temperature Rise

HSX 50 680R J

Common Part
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Power Rating

0.1ohm (100mΩ) R10

1 ohm (1000mΩ) 1R0

1K (1000Ω) 1K0

Resistance Value Tolerance

HSX - Aluminium
Housed Power Resistor

F – 1%

G – 2%

E – 3%

J – 5%

K – 10%

How to Order
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Power Reference - Power at 360°C (W)
90 130 150 180

Type: Power at R Values Power at R Values Power at R Values Power at R Values380°C 380°C 380°C 380°C
ME (Standard):
MA ( Adjustable):

125W 10R-22K 175W 10R-22K 185W 12R-22K 230W 22R-22K
MF (Ferrule Ends):
MD (Ferrule Dead End):
MT (Tape Wound): 185W R30-9R0 215W R70-9R0 245W R80-10R 285W 1R0-20R

Key Features
■ High Power Dissipation in

Free Air
• No need for a heatsink

■ Overload 15 Times Rated
Power
• A compact and cost 

effective solution 
■ Mechanically Stable in

Demanding Environments
• Vitreous Enamel coating 

resists impact and
temperatures of 400°C

■ Broad Range of Options: 
Adjustable Resistance, 
Low TCR, Custom Design 
Capability
• Gives ultimate design 

flexibility
■ Established Product with 

Proven Reliability
• Consistent high quality 

at a competitive price
■ 48 Standard Products from 

30W to 625W
• The solution for your 

application

Type ME Series

Tyco Electronics Components is a
leading supplier of standard and
custom-designed vitreous enamel
power resistors for industrial,
control, and general-purpose
applications.
The ME Range of wire and tape
wound tubular resistors is designed
for maximum power density (in free
air), and a durable vitreous enamel
coating provides a reliable and
resilient, high power solution.
Resistors are supplied with
flexible wire terminations or tags
(for screw, solder or use with Faston
connectors). Options include low
inductance winding, different tube
sizes for a given power rating, and a
range of mechanical packages
including horizontal or vertical
mounting.
Tyco Electronics Components is
happy to advise on the use of
resistors for pulse applications and
to supply information for high
voltage use, low-ohmic values, alter-
native mountings and termination
types in addition to testing resistors
to conform to relevant international,
MIL or customer specifications.

Characteristics - 
Electrical

Damp Heat: 56 days   90 – 95%   ∆R < ± 2%
Storage Temperature: -55°C to +200°C
Tolerance: ±5%  ±10%

Power Reference - Power at 360°C (W)
30 40 45 60

Type: Power at R Values Power at R Values Power at R Values Power at R Values380°C 380°C 380°C 380°C
ME (Standard): 65 4R7-10K
MA ( Adjustable):

35W 2R2-5K0 65W 4R7-10K
– –

70W 4R7-10K
MF (Ferrule Ends):

65 4R7-10K
MD (Ferrule Dead End):
MT (Tape Wound): 44W R02-2R0 80W R15-4R5 80W R20-4R5 90W R20-4R5

Power Reference - Power at 360°C (W)
220 320 380

Type: Power at R Values Power at R Values Power at R Values380°C 380°C 380°C
ME (Standard):
MA ( Adjustable):

320W 22R-22K 450W 33R-22K 500W 47R-22K

MF (Ferrule Ends):
– – – – – –

MD (Ferrule Dead End):
MT (Tape Wound): 400W 1R0-20R 560W 1R5-30R 625W 1R5-30R

Dimensions - MF & MD Type

MF & MD Type
30 40 45 60L 60S 90L 90S 130 180 220

S 76 127 83 121 102 197 133 184 248 298
T 65 116 70 108 90 184 121 171 235 286
U 14 14 27 21 27 21 27 27 27 27
V 19 19 32 22 32 22 32 32 32 32
W 4BA 4BA 0BA 2BA 0BA 2BA 0BA 0BA 0BA 0BA

Applications
■ Braking
■ Crowbar
■ In-rush Limiting
■ Balancing

■ Capacitor Charging & 
Discharging

■ Filter
■ Electrical Machinery

S
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Derating Curve Surface Temperature Rise in Free Air

ME, MA & MT* Type
30 40 45 60L 60S 90L 90S 130 150 180 220 320 380

A 51 102 51 89 70 165 102 152 178 216 2667 267 305
B* 19 19 32 32 32 22 32 32 32 32 32 45 45
C 9.5 9.5 19 12.6 19 12.6 19 19 19 19 19 28 28
D 25 25 37 30 37 30 37 37 37 37 37 43 43
E 6.3 6.3 6.3 6.3 6.3 6.3 9.5 9.5 9.5 9.5 9.5 9.5 9.5
F 4BA 4BA 4BA 4BA 4BA 4BA 2BA 2BA 2BA 2BA 2BA 2BA 2BA
G 72 123 91 117 110 193 142 192 218 256 307 318 356
H 62 113 75 103 94 179 126 176 202 240 291 291 327

HR 42 93 30 77 48 153 80 130 156 194 245 248 286
J 16 16 28 20 28 20 28 28 28 28 28 44 44
K 20 20 27 27 27 27 27 27 27 27 27 51 51
L 64 114 64 102 83 178 114 165 119 229 279 - -
M 38 38 54 45 54 45 54 54 54 54 54 - -
N 25 25 41 32 41 32 41 41 41 41 41 - -
P 4 x 6 4 x 6 5 x 8 4 x 6 5 x 8 4 x 6 5 x 8 5 x 8 5 x 8 5 x 8 5 x 8 - -
R 4 x 6 4 x 6 5 x 13 5 x 8 5 x 13 5 x 8 5 x 13 5 x 13 5 x 13 5 x 13 5 x 13 - -

* For MT type, dimension B may increase by up to 10mm due to tape width.

A

H
G

REVERSED (HR)

E

F.B.A. CLEAR

D

C

K

J

R SLOTS

L

B

N
M

P SLOTS

Dimensions - ME, MA & MT* Type

How to Order

ME – 30 – 1K0 J H

Common Part
ME – Standard

MT – Tape Wound
MA – Adjustable

MF – Ferrule Ends
MD – Ferrule
Dead End

Inductance

- - Standard
N – Low Inductance

Power Rating
@ 360°C

30W – 380W
(See Table)

Tube Description

-  - Standard
S – Short Profile
L – Long Profile

Resistance Value

0.1ohm (100mΩ) R10
1 ohm (1000mΩ) 1R0

1K (1000Ω) 1K0

Tolerance

J – ± 5%
K – ±10%

Mounting System
- - Resistor only
H – Hor./Ver. or

Bolt-on V-Mount
TB – Through

Bolt only
C – Cradle for
Ferrule End
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Length
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10.0

1.157

27
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±0
.3

81

Length

Glass Bond Coated Power Resistors

Type TG Series

Key Features
■ High Power Dissipation

in Free Air
• No need for a heatsink

■ Mechanically Stable in 
Demanding Environments
• Durable glass bond 

coating resists impact 
and temperatures of 
400°C

■ Broad Range of Options: 
Terminal styles, Silicon 
Coating, Low TCR,  
Custom Design Capability.
• Gives ultimate design 

flexibility

■ Established Product with 
Proven Reliability
• Tyco Electronics quality 

at a highly competitive 
price

■ A range of 34 Standard 
Products from 8.5W to 
293W
• Specify the optimum 

configuration for your 
application

Applications
■ Braking
■ Crowbar
■ Inrush Limiting

■ Balancing
■ Capacitor Charging & 

Discharging

■ Filter
■ Electrical Machinery

Type TG Series

Tyco Electronics Components is a
leading European supplier of
standard and custom designed
glass-coated power resistors for
industrial, control, and general-
purpose applications.
The TG is a glass-coated power
resistor designed for maximum power
density (in free air), and offers a
reliable low cost, high power solution.
The highly refractory glass bond
coat resists impact and does not
deteriorate under power overload and
the high quality construction offers
optimum reliability and stability.  Tyco
Electronics Components can test
resistors to conform to customer
specifications.
A large selection of tube styles, diam-
eters and mounting feet are available
to meet every space and package
requirement. Tyco Electronics
Components is happy to advise on the
use of resistors for pulse applications
and to supply information for high volt-
age use, low-ohmic values, alternative
mountings and termination types.

Dimensions - 
Style 10 Oval Styles 3, 5, 6, 8

Characteristics - 
Electrical

TG Style Power @ 20°C Watts Ohmic Range
Length

Hotspot 400°C Inches mm
Code

20 R24 - 3K0 1.5 38.1 TG3 -1
29 R39 - 6K2 2.0 50.8 TG3 -2

Style Code 3 39 R51 - 7K5 2.5 63.5 TG3 -3
49 R68 - 9K1 3.0 76.2 TG3 -4
58 1R0 - 1K5 4.0 101.6 TG3 -5
88 1R0 - 18K 5.0 127.0 TG3 -6
18 R30 - 4K3 1.3 33.3 TG5 -1
33 R62 - 8K2 2.0 50.8 TG5 -2

Style Code 5
44 R91 - 10K 2.5 63.5 TG5 -3
53 1R0 - 11K 2.9 73.0 TG5 -4
31 R62 - 12K 1.8 44.5 TG6 -1
58 1R0 - 22K 2.9 73.0 TG6 -2
62 1R0 - 24K 3.0 76.2 TG6 -3
74 1R0 - 30K 3.5 89.0 TG6 -4
87 1R0 - 36K 4.0 101.6 TG6 -5

Style Code 6 99 1R0 - 39K 4.5 114.3 TG6 -6
111 1R0 - 47K 5.0 127.0 TG6 -7
124 1R0 - 51K 5.5 139.7 TG6 -8
148 1R0 - 62K 6.5 165.1 TG6 -9
103 1R0 - 36K 4.0 101.6 TG8 -1
132 1R0 - 43K 5.0 127.0 TG8 -2

Style Code 8 161 1R0 - 51K 6.0 152.4 TG8 -3
234 1R0 - 82K 8.5 216.0 TG8 -4
293 1R0 - 100K 10.5 266.7 TG8 -5
22 1R0 - 2K0 1.0 25.4 TG10 -1
30 3R6 - 3K0 1.3 33.3 TG10 -2
45 10R - 5K1 2.0 50.8 TG10 -3
57 15R - 6K8 2.5 63.5 TG10 -4

Style Code 67 18R - 8K2 3.0 76.2 TG10 -5
10 Oval 79 22R - 10K 3.5 89.0 TG10 -6

90 24R - 11K 4.0 101.6 TG10 -7
100 27R - 12K 4.5 114.3 TG10 -8
110 30R - 13K 5.0 127.0 TG10 -9
130 36R - 18K 6.0 152.4 TG10 -0

Long Term Stability: For improvements in long-term stability, resistors must be derated as follows;
for 50% of stated ∆R maximum dissipation must not exceed 70% of rating;
for 25% of stated ∆R maximum, dissipation must not exceed 50% of rating.

Specification: Maximum Temperature coefficient: 200ppm/oC
Typical Temperature coefficient: 60ppm/oC
Special Low TCR version: 20ppm/oC
Tolerance: 5% standard. 1%, 10% available.

Style d D
3 3.2 12.7
5 9.5 19.1
6 12.7 22.2
8 15.9 30.2
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Glass Bond Coated Power Resistors

Type TG Series (continued)

Derating Curve Pulse Energy - TG3

Pulse Energy - TG5 Pulse Energy - TG6
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How to Order

TG 5 2 680R J B

Common Part

TG - Glass Bond Coated
Power Resistors

Style Code

See Table

Length Code

See Table

Resistance Value

0.1ohm (100mΩ) R10

1 ohm (1000mΩ) 1R0

1K (1000Ω) 1K0

Tolerance

J - 5%

K - 10%

Tab Style

S - Eyelet

B - Faston
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High Power Capacitor Discharge Resistors

Type YP Series

ø6.3

ø10.6

A

B

D 0.4

X X
TWO-SPOT 
WELDING

STAINLESS STEEL

C

E

Key Features
■ Flameproof Silicone Coating

■ Stainless Steel Mounting 
Terminals for Direct Mounting 
on Capacitors

■ Premium Quality Resistive 
Wires

■ Custom Designs Possible

■ Innovative Design

Type YP Series

The YP series resistors are coated with

multilayer silicone to give an excellent

protection to the resistance wire at

temperatures from -55°C to 350°C. The

terminals are designed for quick and

easy mounting on capacitors and have

a mounting pitch of 22.2 and 31.8 mm.

These are wirewound ceramic core

resistors designed for voltage

balancing of series connected

aluminium electrolytic capacitors.

These resistors are also suitable for

capacitor voltage discharge safety

applications in high voltage circuits.

Ideally suited for industrial grade

capacitors.

Dimensions

Characteristics - 
Electrical

Resistance Values: 2K, 10K, 18K, 27K, 47K. Other values on request and to order
Resistance Tolerance: ±5%
Temperature Coefficient: ±30 ppm/°C (typ.), ±100 ppm/°C (maximum)
Maximum Voltage: 825V dc or ac(rms) for YP10, 570V for YP8
Derating: Derated linearly to zero at 350°C
Power Rating: 10W @ 70°C for YP10 and 8W @ 70°C for YP8
Stability: 70°C, 1000hr - R/R @ 100% load <±5%
Standard: Performance as per BS - CECC 40201-002
Marking: Type, Resistance value, Tolerance

Type A ±1mm B max. C ±1mm D ±1mm E ±1mm
YP8 22.2 40 15 21 9.5
YP10 31.8 50 15 21 9.5

YP 8 18K J

Common Part

8 - 8 Watts

10 -10 Watts

Power Rating

2K (2000 ohms) 2K0

10K (10000 ohms) 10K

18K (18000 ohms) 18K

27K (27000 ohms) 27K

47K (47000 ohms) 47K

Resistance Value Tolerance

YP - Capacitor
Discharge Resistor

J - ±5%

K - ±10%

How to Order
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Low Profile Power Resistors

Type MRF Series

Key Features
■ 1300W in a 133cm2

footprint
• Exceptional power

density of 9.8W/cm2

■ Impressive Pulse 
Capability
• Large active element 

can absorb up to 5.5kJ

■ No Heatsink Required
• Dissipates up to 550W 

in free air

■ Slimline Casing
• 13mm casing height for 

design flexibility

■ Environmental Protection 
to IP33
• Reliable in the harshest 

conditions

Applications
■ Braking
■ Balancing
■ Capacitor Charging

& Discharging
■ Crowbar
■ Filter
■ Power Supplies
■ Electrical Machinery
■ Inrush Limiting

Type MRF Series

The MRF range of low profile power
resistors offers reliability in the most
demanding applications.
With a package height of 13mm this
device will fit where space is at a
premium and the use of advanced
materials enables an operating
temperature in excess of 390°C
giving very high power and pulse
absorption.
Housed in a durable Zinc plated
steel casing, this resistor offers
environmental protection to IP33 and
a dielectric strength of 3kV making it
a very practical and versatile choice.

Characteristics - 
Electrical

MRF 600 MRF 900 MRF 1300
Power Dissipation - Air Cooled Heatsink* (W): 600 900 1300
Max. Element Temperature (°C): 390 390 390
Dissipation in Free Air (W): 300 450 550
Power Dissipation - Water Cooled Heatsink** (W): 650 950 1400
Max. Energy - 5s Pulse (kJ): 3 4 5.5
Resistance (Ω): 2-150 2-250 3.3-350
Tolerance (%): ±5 ±5 ±5
Parasitic Capacitance - 1-100kHz (pF): 90 110 150
Limiting Element Voltage (kV): 1 1 1
Insulation Resistance - 1kV DC (MΩ): ≥1000 ≥1000 ≥1000
Dielectric Strength - 50Hz 1 min (Vrms): 3000 3000 3000
Thermal Time Constant (min): 10 10 10
TCR (ppm/°C): ≤100 ≤100 ≤100
Cable Length (mm): 200 200 200
Mounting: Vertical Vertical Vertical
Fixing: M4 x 16 Screw M4 x 16 Screw M4 x 16 Screw
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal resistance is

acceptable, up rating is not recommended. The use of proprietary heat sink
compound to improve thermal conductivity is essential.

* Rating of Air Cooled Heatsink: 2°C/W
** Water Cooled Heatsink Temperature: 40°C

Dimensions

Pulse Energy

Type L P Rated
Power (W)

MRF600 102 81 600
MRF900 145 124 900
MRF1300 195 174 1300

MRF 900 100R J

Common Part

600

900

1300

Power Rating with
2°C/W Heatsink 1ohm

(1000 mΩ) 1R0

100ohm
(100Ω) 100R

Resistance Value Tolerance

MRF - Aluminium Housed
Power Resistor J - 5%

How to Order
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High Power Resistors

Type MPC Series

Key Features
■ High Power Density

■ Easy to Mount

■ Non Inductive

■ Stable at 100ppm/°C

■ Temperature Range
-55°C to +155°C

■ High Power up to 10 Watts

■ Voltage Proof 5000V dc

■ Non Flammable

Type MPC Series

A range of non inductive thick film

power resistors complementing the

T0220 packaged MPR series

(20 Watt heat sink styles), being

vertically mounted and suitable to

dissipate power from 3 Watts up to

10 Watts. Available in values from 1R0

to 200K ohms they are the idea

solution for small snubber circuits,

the output side of high speed pulse

generators and low inductive resistor

requirements in switch mode power

supplies.

Power Derating Curve

Overload Characteristics

Characteristics -
Electrical

Resistance Values: 1R0 to 200K
Resistance Tolerance: 1%, 5%
Temp. Coefficient of Resistance: ±100ppm/°C
Rated Power @ 70°C: 3 to 10 Watts nominal
Equivalent Parallel Capacitance 1.0pf
(100 MHz):
Maximum Operating Voltage: 300V AC
Withstanding Voltage: 5000V
Operating Temperature Range: -55°C to +155°C
Overload Current: 20 x rated current up to 8 ms ( ∆R ± 0.5%)

Mechanical

Test Condition MILR83401 Specification
Life (Rated Power): 40°C, rated power, 90 min ON ∆R± ( 1.0% + 0.05 ohm)

30 min OFF, 1000 hrs.
Life (Moisture Load): 60°C, 90 - 95% RH, rated power ∆R± ( 1.0% + 0.05 ohm)

90 min ON 30 min OFF, 1000 hrs.
Temperature Cycling: Room temp > -55°C 30 min > RT ∆R± ( 0.25% + 0.05 ohm)

10 min ± 120°C 30 min > RT 10 min
5 cycles

Flammability: UL94V-O rated
Soldering Heat: 350°C Solderpot, 3 secs. ∆R± ( 0.25% + 0.05 ohm)
Insulation Resistance: DC 100V, 1 min Over 1000M ohm
Vibration: 10 - 50 Hz, 1 min, 20G, X-Y-Z 1 hr. ∆R± (0.25% + 0.05 ohm)
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High Power Resistors

Type MPC Series (continued)

A

27
.6

8

25
.4

0

3.175 1.905

0.508
0.864
1.270

B

0.660

0.254

2.540

MPC 52 1K0 J

Common Part

32 - 3 Watts

52 - 5 Watts

75 - 7 Watts

108 - 10 Watts

Power Rating / Size

0.1 ohm
(100 mille ohms) R10

1.0 ohm
(1000 mille ohms) 1R0

1K ohms
(1000 ohms) 1K0

Resistance Value Tolerance

MPC - Thick Film
Planar Resistor

F ±1%

J ±5%

How to Order

Dimensions

Product Marking

Size MPC3 MPC5 MPC7 MPC10
A 10.16 12.7 19.05 25.4
B 5.08 5.08 12.70 20.32

Value (Ohms) 1 2 5 10 20 50 100 200 500 1K 2K 5K 10K 20K 50K 100K 200K
Code 1R0 2R0 5R0 100 200 500 101 201 501 102 202 502 103 203 503 104 204

NB: Due to the wide range of available values/tolerances etc.some variants may not be tooled for production. It is possible that
a small tooling charge may be levied dependant on order quantity or potential. Please check.
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Thick Film Power Resistors

Type BDS100 Series

Key Features
■ 100W in a 9.5cm2 footprint

• Gives an impressive 
power density of
10.5W/cm2

■ Virtually inductance-free
• Inductance < 40nH

■ Wide resistance range: 
0.47Ω to 1MΩ
• Coupled with 1%

tolerance gives ultimate 
design flexibility

■ Multiple terminal
configurations and 
multi-resistor packages
• The space saving

solution

■ Partial discharge
<10pC at 2kV
• Guaranteeing quality,

reliability and long life
Applications
■ Snubbing (Low inductance)
■ Balancing Resistor

(Multi-resistor package)
■ Filter (Low inductance)

■ High Voltage
■ High Frequency

Type BDS100 Series

With less than 40nH inductance and
a 100 Watt power rating in an
easy-mounting 38mm x 25mm Isotop
case, the BDS100 offers high power
density over a wide range of ohmic
values (R47 – 1M0) and benefits from
10 years experience in the field.
Available in 6 resistor configurations
with 2 or 4 easy to connect terminals,
the resistors are made from quality
materials for optimum reliability and
stability with very low partial
discharge.
Tyco Electronics Components can
test resistors to conform to relevant
customer specifications, and will
advise on the use of resistors for
pulse energy and high voltage
applications (HV designs available).
Resistors with alternative termina-
tions or flying leads are available,
and custom designs are welcome.
This product is available via
distribution.

Characteristics - 
Electrical

Resistance Range: R47 - 1MO
Resistance Tolerance: ± 10%, 5% (Tighter by discussion)
TCR: R<1Ω ± 250ppm/°C

R>1Ω ± 150ppm/°C
Rated Power: Heatsink: 115°C / 100°C / 60°C 25W / 50W / 100W
Capacitance: Parallel 15pF

To Earth 40pF
Series Inductance: 40nH (Maximum)
Limiting Element Voltage: (100W or Less) 500Vdc/ac rms
Isolating Voltage: (Terminal to Heatsink) 2.5kVac rms
Single Shot Voltage: 1.5/50ms 4kV
Insulation Resistance: (at 500V dc) >100GΩ
Partial Discharge: at 2kV <10pC
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal resistance is

acceptable, up rating is not recommended. The use of proprietary heat sink
compound to improve thermal conductivity is essential.

Environmental

Endurance (Rated Power): 2000cyc. at PRated ∆R 0.25% Typ
Humidity Load Life: 56 Days, 40°C, 95% RH ∆R 0.25% Typ  (I.R.>10GΩ)
Temperature Cycling: -55°C to +125°C, 5cycles ∆R 0.25% Typ
Operating Storage Temp: -55°C to +125°C
Short Term Overload: 3 x PRated (10s) ∆R 0.25% Typ
Vibration: 10/500Hz ∆R 0.25% Typ
Bump: 40g 4000 bumps ∆R 0.25% Typ

Mechanical

Terminal Size: M4
Terminal Torque (max.): 1.3Nm
Creepage Distance: 10mm
Clearance: Terminal to Heatsink 10mm

Terminal to Terminal 3mm
Heatsink Surface Finish: Ra < 6µm
Heatsink Flatness: 0.05mm
Weight: 35g

Dimensions

37.8 ±0.2
30 ±0.15
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Pow
er Resistors

Thick Film Power Resistors

Type BDS100 Series (continued)

Derating Curve Pulse Energy
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How to Order

BDS 2 A 100 1K0 J

Common Part

A: Standard

B-F: See above

Circuit Type

100 - 100 Watts
at 70°C

Power Dissipation Resistance Value

BDS 2 (2 Terminal)

BDS 4 (4 Terminal)

BDH 2
(2Term. High Voltage)

BDH 4
(4 Term. High Voltage)

0.6Ω
(600mΩ) 

R60

1Ω
(1000mΩ)

1R0

1KΩ
(1000Ω)

1KO

1MΩ
(1000000Ω)

1MO

Tolerance

F - 1%

J - 5%

K - 10%

Terminal Circuit Type

1

A (Standard)

1

4

2

3

D (Isolated)

1

4

2

3

E (Network Tapped)

4

1

3

2

F (Network 3 Res.)

1

B (Voltage Sense)

1

C (Special)

2

2

3

34
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Thick Film Power Resistors

Type BDS250/400 Series

Key Features
■ 400W in a 40.2cm2

footprint
• Gives an impressive 

power density of 
10W/cm2

■ Virtually inductance-free
• Inductance < 40nH

■ Wide resistance range: 
0.47Ω to 1MΩ
• Coupled with 1%

tolerance gives ultimate 
design flexibility

■ Multiple terminal
configurations and 
multi-resistor packages
• The space saving

solution for demanding 
creep and clearance
requirements

■ Partial discharge
<10pC at 7.5kV
• Guaranteeing quality,

reliability and long life

Applications
■ Snubbing (Low inductance)
■ Balancing Resistor

(Multi-resistor package)
■ Filter (Low inductance)

■ High Voltage
■ High Frequency

Type BDS250/400 Series

With less than 40nH inductance and a
250W or 400W power rating
(100°C/70°C Heatsink) in a 67mm x
60mm casing, the BDS250/400 offers
high power density over a wide range
of ohmic values (0R47 – 1M0) and
benefits from 10 years experience in
the field. Available in 5 resistor
configurations with 2 or 4 easy to
connect terminals, the resistors are
made from quality materials for
optimum reliability and stability with
very low partial discharge.
Tyco Electronics Components can
test resistors to conform to relevant
customer specifications, and will
advise on the use of resistors for pulse
energy and high voltage applications
(HV designs available).
Resistors with 1% tolerance,
alternative terminations or flying leads
are available, and custom designs are
welcome.
This product is available via
distribution.

Characteristics - 
Electrical

Resistance Range: 0R47 - 1M
Resistance Tolerance: ± 10%, 5% (Tighter by discussion)
TCR: R<1Ω ± 250ppm/°C

R>1Ω ± 150ppm/°C
Rated Power: Heatsink: 100°C / 70°C 250W / 400W
Capacitance: Parallel 40pF

To Earth 160pF
Series Inductance: 40nH (Maximum)
Limiting Element Voltage: 5kV dc/ac rms
Isolating Voltage: (Terminal to Heatsink) 7kV ac rms
Single Shot Voltage: 1.5/50ms 12kV
Insulation Resistance: (at 500V dc) >100GΩ
Partial Discharge: at 7.5kV <10pC
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal resistance is

acceptable, up rating is not recommended. The use of proprietary heat sink
compound to improve thermal conductivity is essential.

Environmental

Endurance (Rated Power): Full Load, 1000h, 25°C ∆R 0.25% Typ
Humidity Load Life: 56 Days, 40°C, 95% RH ∆R 0.2% Typ  (I.R.>10GΩ)
Temperature Cycling: -55°C to +125°C, 5cycles ∆R 0.2% Typ
Operating Storage Temp: -55°C to +125°C
Short Term Overload: 750W, 10s ∆R 0.2% Typ
Vibration: 10/500Hz ∆R 0.25% Typ
Bump: 40g 4000 bumps ∆R 0.25% Typ

Mechanical

Terminal Size: M4
Terminal Torque (max.): 1.3Nm
Creepage Distance: 40mm
Clearance: Terminal to Heatsink 28mm

Terminal to Terminal 40mm
Heatsink Surface Finish: Ra < 6µm
Heatsink Flatness: 0.05mm
Thermal Grease: Required
Weight: 190g

Dimensions

M4 (min 8mm)

ø4.5 ±0.25

M4 (min 8mm)
67.0 ±0.25

34.0

57.0 ±0.25

67.0 ±0.25

34.0

57.0 ±0.25 30.0 max.

10.5 max.

14.8 max.

30.0 max.

10.5 max.

14.8 max.

60
.0

 ±
0.

25

60
.0

 ±
0.

25 ø2
1.

0
ø1

4.
0

ø2
1.

0
ø1

4.
0

2

11 2

4 3

36
.0

ø4.5 ±0.25

36
.0
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Pow
er Resistors

Thick Film Power Resistors

Type BDS250/400 Series (continued)

Derating Curve Pulse Energy

Power Overload

*Temperature - Heatsink
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How to Order

BDS 2 A 250/400 1K0 J

Common Part

A: Standard

B-E: See above

Circuit Type

250 - 250 Watts

400 - 400 Watts

Power Dissipation Resistance Value

BDS 2 (2 Terminal)

BDS 4 (4 Terminal)

0.47Ω
(470mΩ) 

R47

1Ω
(1000mΩ)

1R0

1K
(1000Ω)

1KO

1M
(1000000Ω)

1MO

Tolerance

F - 1%

J - 5%

K - 10%

1 10 100 1000
Time (msecs)
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W
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*100°C

*90°C

*80°C

*70°C

1

A (Standard)

1

4

2

3

D (Network Tapped)

4 3

E (Network 3 Res.)

1 2

1

4 3

B (Voltage Sense)

1

4

2

3

C (Isolated 2 Res.)

2

2

Terminal Circuit Type
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Thick Film Power Resistors

Type BDS600 Series

Key Features
■ 600W in a 34.2cm2

footprint
• Gives an impressive 

power density of 
17.5W/cm2

■ Inductance < 80nH
• Virtually inductance-free

■ Wide resistance range: 
0.5Ω to 100kΩ
• Coupled with 1%

tolerance gives ultimate 
design flexibility

■ Multiple terminal
configurations
• For demanding creep 

and clearance
requirements

■ Partial discharge
<5pC at 5kV
• Guaranteeing quality, 

reliability and long life

Applications
■ Snubbing (Low inductance)
■ Filter (Low inductance)
■ High Voltage

■ High Frequency
■ Balancing

Type BDS600 Series

With a maximum inductance of 80nH
and a rated power of 600W (60°C
Heatsink) in a 57mm x 60mm casing,
the BDS600 offers high power
density over a wide range of ohmic
values (0R5 – 100K).
This high power density resistor is
made from quality materials for
optimum reliability and stability with
very low partial discharge.
Tyco Electronics Components can
test resistors to conform to relevant
international, MIL or customer
specifications, and will advise on the
use of resistors for pulse applications
(special pulse duty options available)
and high voltage usage (high voltage
designs available).  The BDS600
offers a limiting element voltage of
5kVac rms, and 10kV isolation
voltage (terminal to heatsink).
Resistors with 1% tolerance, alterna-
tive terminations or flying leads are
available, and custom designs are
welcome.
This product is available via
distribution.

Characteristics - 
Electrical

Resistance Range: 0R5 – 100K
Resistance Tolerance: ± 10%, 5% (Tighter by discussion)
TCR: ± 150ppm/°C
Rated Power: Heatsink: 60°C 600W
Capacitance: Parallel 40pF

To Earth 110pF
Series Inductance: <80nH (Maximum)
Limiting Element Voltage: 5kV dc/ac rms
Isolating Voltage: (Terminal to Heatsink) 10kV ac rms
Single Shot Voltage: 1.5/50ms 12kV
Insulation Resistance: (at 500V dc) >1000MΩ
Partial Discharge: at 7kV <500pC

at 5kV <5pC
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal resistance is

acceptable, up rating is not recommended. The use of proprietary heat sink
compound to improve thermal conductivity is essential.

Environmental

Endurance (Rated Power): Full Load, 1000h, 25°C ∆R 0.4% Typ
Humidity Load Life: 56 Days, 40°C, 95% RH ∆R 0.25% Typ
Temperature Cycling: -55°C to +125°C, 5cycles ∆R 0.2% Typ
Storage Temp: -55°C to +155°C
Operating Temp: -55°C to +140°C (200°C on req.)
Short Term Overload: 1000W, 10s ∆R 0.4% Typ
Vibration: 2-5000Hz/10g ∆R 0.25% Typ
Bump: 40g 4000 bumps ∆R 0.25% Typ

Mechanical

Terminal Size: M5
Terminal Torque (max.): 2Nm
Creepage Distance: 48mm
Air Gap: To Heatsink 14mm
Heatsink Surface Finish: Ra < 6µm
Heatsink Flatness: 0.05mm
Thermal Grease: (0.05°C/Wmm) Required
Weight: 160g
Max. Mounting Torque: 1.8Nm

Dimensions

ø4.1 ±0.2
0.05

18.07.0

15.0

5.0 ±0.5

øM557.0 ±0.2
34.0 ±0.2

65.0

36
.0

±0
.3

60
.0

30.0 ±0.5
32.0 ±0.5
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Pow
er Resistors

Thick Film Power Resistors

Type BDS600 Series (continued)

Derating Curve Pulse Energy

How to Order

BDS 2 A 600 1K0 J

Common Part

A: Standard

Circuit Type

600 - 600 Watts

Power Dissipation Resistance Value

BDS 2 (2 Terminal)

0.5Ω
(500mΩ) 

R50

1Ω
(1000mΩ)

1R0

1K
(1000Ω)

1KO

Tolerance

F - 1%

J - 5%

K - 10%
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Radial Leaded High Power Resistors

Type MPR Series

Key Features
■ Small Size (T0220 Package)

■ Easy to Mount

■ Non Inductive

■ High Frequency Range
up to 300MHz

■ Temperature Range
-55°C to +155°C

■ High Power 20W with 
Suitable Heatsink

■ Voltage Proof 2000V ac

■ Non Flammable

Type MPR Series

This small size non-inductive, high

power resistor is an innovative and

significant first for Tyco Electronics

Components. Occupying a standard

T0220 package it is ideally suited to

positions where high power dissipation,

small size and tight tolerance are key

design requirements.

This series is an ideal solution for

the output side of high speed pulse

generators, a surge absorption resistor

in switch mode power supplies and for

monitors, display terminals, scientific

workstations and other brown and white

goods.

Power Derating Curve

Load Life in High Temperature and Humidity
(70°C 95% DC Rated Power x 0.1) Continuous

Characteristics -
Electrical

Resistance Range: R22 - 51K
Resistance Tolerance: E12 ± 5% E24 ± 1%
Temperature Coefficient of Resistance: 10R - 51K - 50ppm/°C (1% / 5%), 1R0 - 9R1 - 100ppm/°C (5%), 

R22 - R91 - 250ppm/°C (5%)
Rated Power (on Suitable Heatsink): 20 watts
Rated Power (W/O Heatsink): 2 watts
Equivalent Parallel Capacitance: 1.0 pF
Maximum Operating Voltage: 500 V dc
Withstand Voltage: 2000 V dc (Between terminals and heatsink)
Operating Temperature Range: -55°C to +155°C
Rated Ambient Temperature: -25°C to +40°C

Mechanical

Test Condition Specification
Life (Rated Power): 40°C, rated power, 90 min-on, ∆R ± (1.0% + 0.05 ohm)

30 min off, 1000 hours
Life (Moisture Load): 60°C, 90 - 95% RH, rated power, ∆R ± (1.0% + 0.05 ohm)

90 min ON 30 min OFF, 1000 hours
Temperature Cycling: Room temp > -55°C 30 min > ∆R ± (0.25% + 0.05 ohm)

RT, 10 min ± 120°C 30 min >
RT 10 min, 5 cycles

Short Time Overload: Rated voltage x 2.5, 5sec ∆R ± (0.25% + 0.05 ohm)
Soldering Heat: 350°C solder pot, 3sec ∆R ± (1.0% + 0.05 ohm)
Insulation Resistance: DC 100 V, 1 min Over 1000M ohm
Vibration: 10 - 50 Hz, 1 min, 20G, X-Y-Z 1 hour ∆R ± (0.5% + 0.05 ohm)
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Type MPR Series (continued)
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Pow
er Resistors

Dimensions

How to Order

MPR 20 C 680R T

Common Part

20 - 20 Watts

Wattage Rating @
25°C with Heatsink

C - 50ppm/°C

A - 100ppm/°C (5%)

H - 250ppm/°C (5%)

Temp. Coefficient
of Resistance

Resistance Value

MPR - High Power
Film Resistor

0.1 ohm
(100 milliohms) R10

1 ohm
(1000 millohms) 1R0

1K ohm
(1000 ohms) 1K0

Tolerance

– Bulk Pack
T - Ammo Box
1000 pieces

PCB Piercing Plan
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Radial Leaded High Power Resistors

Type MPF Series

Key Features
■ Small Size (T0218 Package)

■ Easy to Mount

■ Non Inductive

■ High Power - 30W

■ Temperature Coefficient
down to 10ppm/°C

■ Tolerances from 0.2%

■ Values down to R002

■ Non Flammable

Type MPF Series

This small non-inductive, high power

resistor is another innovative product

available from Tyco Electronics

Components. Housed in a standard

T0218 package it is ideally suited to

positions where high power dissipation,

small size and tight tolerance are key

design requirements. Available with

metal alloy or thick film elements, most

standard resistance values and

tolerances can be achieved.  This

series is ideally suited for the output

stage of high speed pulse generators,

a surge absorption resistor in switch

mode power supplies and for

monitors, display terminals, scientific

work-stations and low ohmic current

sense   positions.

Temperature Coefficient

Characteristics -
Electrical

Resistance Range: R002 – 50R in E12 Series
Resistance Tolerance:
From R002 1%, 2%, 5%
From R01 0.5%, 1%, 2%, 5%
From R02 0.25%, 0.5%, 1%, 2%, 5%
From 1R0 0.1%, 0.25%, 0.5%, 1%, 2%, 5%
Thermal Resistance: 2.5K/W
Temperature Coefficient of Resistance: > R20 ±15ppm/°C  (20°C to 60°C)

≤ R20 TCR see table below
Rated Power (Suitable Heatsink): 30 watts (VKK = 25°C)
Rated Power (W/O Heatsink): 2 watts @ 70°C
Stability: 0.1%, 0.2%, 0.5% (depends on stress)
Voltage Proof: 300 V DC
Thermal EMF: < 1µV/K
Operating Temperature Range: -40°C to +130°C

Mechanical

Resistor Material: Metal Foil CuNiMn (DIN 17471)
Substrate: Anodised Aluminum
Housing: PPS
Connector Material: Cu Tinned
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Pow
er Resistors

Radial Leaded High Power Resistors

Type MPF Series (continued)

MPF 1R0 F B

Common Part

0.2 ohm
(200 milli ohms) R20

1.0 ohm
(1000 milli ohms) 1R0

50 ohms
(50 ohms) 50R

Resistance Value

B - 0.1%
C - 0.25%
D - 0.5%
F - 1%
G - 2%
J - 5%

Resistance Tolerance Termination

MPF - Planar Resistor
A - 5.0 x 1.4

B - 3.1 x 1.4

How to Order

Dimensions

Lead Length l
A 5.0
B 3.1

Standard Lead for the MPF is style B

Derating Curve
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High Power Resistors

Type MPH Series

Key Features
■ 50 Watt High Power 

Dissipation

■ Extremely Low Ohmic Values

■ Low Inductance

■ High Stability

■ Kelvin Terminations

■ Low TCR

Type MPH Series

The MPH resistor complements the

MPX Series by adding an even higher

power rating. With this, user in the area

of low ohmic precision can add a 50W

device when mounted on a suitable

heatsink. By using metal foil on a good

heatsink high stability is achieved.

Uniform current and power dissipation

are the result of tin plated copper

terminations with a large surface area.

Because of the planar construction the

MPH resistor is also non-inductive. The

materials used and robust construction

guarantee high reliability. The 4

terminal version (Kelvin terminations)

can be used where high stability,

temperature stability and thermal

energy are required.

Characteristics -
Electrical

MPH323025 / MPH323818 MPH543825H / MPH344618
Resistance Range: R01 - 100R R001 - 100R
Power Rating: 3W (70°C) without heatsink 3W (70°C) without heatsink

(5W for MPH543825H)
40W with heatsink 40W with heatsink

(50W for MPH543825H)
Thermal Resistance Rthj-c: 2.0 K/W 1.6 K/W
Tolerances: from R001: 1%, 5%
from R005: 0.5%, 1%, 5%
from R010: 0.1%, 0.5%, 1%, 5% 0.1%, 0.5%, 1%, 5%
from R020: 0.1%, 0.5%, 1%, 5% 0.1%, 0.5%, 1%, 5%
Stability: 0.1%, 0.5% 0.1%, 0.5%

(depends on stress) (depends on stress)
Temperature Coefficient: ±15ppm/°C (20°C to 60°C) ±15ppm/°C (20°C to 60°C)

±25ppm/°C (20°C to 60°C) ±25ppm/°C (20°C to 60°C)
F Terminal F Terminal
MPH323025 / MPH323818 TCR Shift (see table below)

Voltage Proof: 500 VDC 500 VDC
Thermal EMF: 1µV/°C 1µV/°C
Maximum Current: 150A / (200A F Terminal) 150A / (200A F Terminal)

Mechanical

Resistor Material: Metal Foil CuNiMn (to DIN 17471)
Substrate: Anodized Aluminium
Housing: Epoxy
Connector Material: Cu Tinned, 2 and 4 pin
Maximum Torque Back-Plate: 1Nm

Environmental

Operating Temperature Range: -40°C to 130°C

Temperature Coefficient TCR Shift
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3.0

5.0

b=1.1 d=0.5

Lead K
>10mOhm / 50A

b=1.5

3.0

5.0

Lead A
>10mOhm / 150A

d=0.8

8.5

6.3

6.5
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Lead F
200A
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Pow
er Resistors

High Power Resistors

Type MPH Series (continued)

Dimensions - 
MPH343825 MPH323025

MPH344618 MPH323818

MPH343825---F MPH343825H

MPH 3 43825 R001 B K

3 –3 Watts

5 – 5 Watts
(MPH543825H)

Power Rating

23025

23818

43825

42825H

44618

Style Resistance Value
B – 0.1%

C – 0.25%

D – 0.5%

F – 1%

G – 2%

J – 5%

Tolerance

A

F

K

LeadCommon Part

How to Order

0.001 Ohm
(1 milli Ohm)

R001
1 Ohm

(1.0 Ohm)
1R0

100 Ohms
(100 Ohms)

100R

Terminations

MPH –
Low Ohmic

Power Resistor



Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

86

Low Profile Power Resistors

Type R5000 Series

Applications
■ Braking
■ Snubbing
■ Filter
■ Power Supplies
■ Electrical Machinery

Type R5000 Series

The R5000 Resistor Series by Tyco
Electronics Components is a high
specification flat resistor module with
flying leads, designed for braking
and snubbing applications where
size and weight are at a premium.
With a height of 13mm, an overall
weight of 150g, and a rated power
of 250W, this resistor offers
unbeatable performance in terms
of power density.
Advanced construction methods and
high performance materials give a
rugged and resilient device capable
of high pulse energy absorption, low
inductance, high stability, and a low
TCR.
This device can be fused to offer
circuit protection and is available in a
wide range of resistance values.
Tyco Electronics Components can
test resistors to conform to relevant
international, MIL or customer
specifications, and are happy to
advise on the use of resistors for
pulse and high voltage applications.

Characteristics - 
Electrical

Dissipation @ 20°C with Heatsink (Watts): 250
Ohmic Value - Foil (Ohms): R05 – 20R
Wire Wound (Ohms): 10R – 10K
Tolerance: ± 10%
Limiting Element Voltage (DC/ACrms) Volts: 500V DC or AC Peak
Dielectric Strength (AC peak) Volts: 500V (Can be Uprated)
Inductance - Foil Element (Henries): <1 µH
Capacitance (F): 440pF
TCR (ppm/°C): 20 ppm/°C - 150 ppm/°C (to design)
Stability (1000h/250W): ∆R < 5%
Terminal Strength: 5kg Pull Strength
Temperature Range: -50°C to 125°C
Humidity (Si-Sealed option): 96% RH @ 40°C - 56days.  ∆R <1% 
Weight (g): 145
Orientation: Vertical
Number of Mounting Holes: 2
Cable Length: 130mm ± 10mm
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal resistance is

acceptable, up rating is not recommended. The use of proprietary heat sink
compound to improve thermal conductivity is essential.

180

188

41

13
MAX

130 ±10

LEADS FITTED WITH A
6.3MM FEMALE SHROUDED
CONNECTOR.

FLYING LEADS:
19/0.2 SILVER PLATED
COPPER PTFE INSULATED

2 OFF MOUNTING
HOLES - 3.5

Key Features
■ 250W in a 77cm2 Footprint

• Exceptional power
density of 3.25W/cm2

■ 13mm Overall Height
• Fits where other

resistors cannot

■ Special Fuse Option
Available
• Circuit protection offers 

improved reliability and 
safety.

■ Low Inductance for the 
Fastest Switching Speeds
• Less than 1µH for

resistances below 20Ω
■ Durability with no Weight

Penalty
• High quality aluminium 

construction weighs just 
150g
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Pow
er Resistors

Low Profile Power Resistors

Type R5000 Series (continued)

How to Order
The R5000 Series is normally custom designed to meet a specific application. Tyco Electronics Components will allocate a
specific part number – Please discuss with our Technical Sales Staff.
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High Power Resistors

Selection Guide

Choosing the right
Passives Device

FIXED
RESISTORS

HIGH POWER

SMD /
LEADED

SMD

ELEMENT

WATTAGE WATTAGE

CFH

CJB

CJS

HPV

HS600

R3000

HEATSINK
ASSEMBLIES

BDS600

HEATSINK
ASSEMBLIES

Other parameters to be aware of:

Component Size
Power Rating Required

Pin Configuration
Voltage Rating

Temperature Coefficient
Resistance Tolerance

Current Rating
Ohmic Value Range

WIRE THICK FILM
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High Pow
er Resistors

High Power Resistors

Product Overview

Tyco Electronics has been manufacturing its CGS brand of power resistors for

over 50 years.

We offer one of the widest ranges of high power resistor styles and technologies in the

world; including thick film, Wirewound and foil.  Within these technologies we offer

standard ranges of resistors for both low and high ohmic requirements and wattages up

to 2200 watts with operating voltages up to 12kV.  We offer low inductive versions, a

variety of tolerances and temperature coefficients and numerous mounting options.

Our designers specify only the best materials to achieve high quality and long term

stability. Our in-house test facility ensures that all products meet our own rigorous test

programmes.

We specialise in customisation of the high power resistor range and have a first rate

design team based in our R & D facility at Swindon, Wiltshire.

■ Market leader in high power technology

■ Standard and Custom Designs Available

■ Wide range of technologies

■ Diverse market applications

■ High reliability materials

■ In house test facility

■ Highly qualified and experienced design team

■ Brand name CGS

Max Power Ohmic Value Working
Rating Watts Range Tolerance Voltage Technology Family Page

1000 1R0-50K 5-10 2.5kV Wirewound HPV 90-91
1000 3R3-750K 1-10 12kV Wirewound R3000 92-93
1000 1R0-36K 5 3kV Wirewound CJS 94-95
1000 1R0-130R 5-10 2.5kV Wirewound CJR 96-97
1000 1R0-130R 5-10 2.5kV Wirewound CJB 98-99
600 R50-62K 1-10 2.5kV Wirewound HS600 100-101
2200 R50-27K 5 4kV Wirewound CFH 102-103
600 R50-100K 5-10 5kV Thick Film BDS600 104-105

Various Various Various Various Various Heatsink Assemblies 106-107
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Type HPV Series

L

T

N

P

U

Key Features
■ Up to 1000W power

dissipation
• Use a single resistor in 

applications where
multiples were used 
before

■ High pulse energy
absorption
• Mineral filled to handle 

up to 7000joules

■ 6.5kV voltage isolation
• Meets tough 

specifications with a 
factor of safety

■ Proven reliability
• 1000Watts with HS

reliability

■ Custom designs: 
Windings, terminations
• We have a solution for 

your application

Applications
■ High Voltage
■ Filter
■ Crowbar
■ Braking

■ Balancing
■ Capacitor Charging & 

Discharging
■ Electrical Machinery

Type HPV Series

Tyco Electronics Components is the
leading European supplier of standard
and custom designed aluminium
housed resistors for general-
purpose use, power supplies, power
generation and the traction industry.
The HPV is a range of extremely
stable, high quality wire wound
resistors capable of dissipating high
power in a limited space with
relatively low surface temperatures.
The power is rapidly dissipated as
heat through the aluminium housing to
a specified heat sink. The element
assembly is housed within an
aluminium extrusion and is insulated
by a mineral material, providing
better pulse handling capabilities. The
HPV resistors have been designed for
the power generation industry but are
increasingly finding applications in
locomotive and other industrial
markets where high power, long life
and exacting pulse requirements are
key design parameters.
The resistors are made from quality
materials for optimum reliability and
stability. Tyco Electronics Components
can test resistors to conform to
relevant international, MIL or customer
specifications.
Tyco Electronics Components is
happy to advise on the use of resistors
for pulse applications and to supply
information for high voltage use and
low-ohmic value and alternative
termination types.

Characteristics - 
Electrical

HPV500 HPV1000
Dissipation @ 25°C with Heatsink (Watts) (Maximum continuous): 500 1000
Without Heatsink: 100 200
Ohmic Value Min (Ohms): 0R5 1R0
Max: 33K 50K
Limiting Element Voltage (Volts) (DC/AC rms) 2.5kV 2.5kV
(For continuous operation):
Dielectric Strength (Volts) (AC rms): 6.5kV 6.5kV
Pulsed Voltage (Volts) (1.2/50ms): 12kV 12kV
Insulation Resistance @ 500V (Ohms>10GΩ): >10GΩ
Stability (% resistance change, 1000 hours)(%): ≤ 2% ≤ 2%
Temperature Coefficient (ppm/°C): <±100ppm/°C <±100ppm/°C
Environmental Category: -55/200/56 -55/200/56
Creep (mm): 43Min 43Min
Clearance (mm): 20Min 20Min
Long Term Stability: For improvements in long-term stability, resistors must be derated as follows;

for 50% of stated ∆R maximum dissipation must not exceed 70% of rating;
for 25% of stated ∆R maximum, dissipation must not exceed 50% of rating.

Heat Dissipation: Although the use of proprietary heat sinks with lower thermal resistance is
acceptable, up rating is not recommended. The use of proprietary heat sink
compound to improve thermal conductivity is essential.

Dimensions
HPV500

HPV1000

Type H±0.3 J±0.4 K±0.3 L Max M Max N Max P Max R Min T±0.3 U Min
HPV500 76.2 63.5 5.8 136.0 225.0 78.0 58.0 4.0 27.0 5.8
HPV1000 97.0 63.5 5.8 255.0 365.0 78.0 58.0 4.0 27.0 5.8
Note: K refers to mounting hole diameter

M
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U
HH

J

6 Holes Dia K R
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High Pow
er Resistors

Aluminium Housed Power Resistors

Type HPV Series (continued)

Derating Curve Pulse Energy

Surface Temperature Rise

HPV 500 680R J

Common Part

500 - 500 Watts

1000 - 1000 Watts

Power Rating

0.1ohm (100mΩ) R10

1 ohm (1000mΩ) 1R0

1K (1000Ω) 1K0

Resistance Value Tolerance

HPV - Aluminium
Housed Power Resistor

F – 1%

G – 2%

E – 3%

J – 5%

K – 10%

How to Order
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Aluminium Housed Power Resistors

Type R3000 Series

335 MAX

UNIT IDENTITY NO. EACH
ELEMENT IDENTIFIED

BY POSITION RELATIVE
TO UNIT NO. AS SHOWNCASE WILL BE MARKED:

MEC CGS - HLP1000
44R/44R TOL
DATE CODE

12.8

7.0

40

ELEMENT B

ELEMENT A

NOSE CONE:

CREEP - 50MM MIN

STRIKE - 20MM MIN210

125

250 +/- 1

BASE OF COUNTER
BORES TO BE FREE
FROM ANODIZING

NO TORQUE TO BE APPLIED
TO THIS STAND OFF

MAX. TORQUE 2NM

MIN 8MM

ANODIZING TO BE MACHINED FROM BASE

30±0.5

6.3
60 +0 -0.5

15 15

25

MACHINED
AFTER

ANODIZING

0.05

40
 M

AX

G9
9

■ Braking
■ Snubbing
■ Filter

■ Power Supplies
■ Electrical Machinery

Type R3000 Series

Tyco Electronics Components is the
leading European supplier of standard
and custom mineral insulated
resistors for high voltage snubbing
applications.
The R3000 range is designed to meet
the demands of high voltage switching
applications and offers extremely
stable, high quality wire wound
resistors capable of dissipating high
power in a limited space with
relatively low surface temperature.
The power is rapidly dissipated as
heat through the aluminium housing to
a specified heatsink.
The resistors are made from quality
materials for optimum reliability and
stability. Tyco Electronics Components
can test resistors to conform to
relevant customer specifications.
Tyco Electronics Components is
happy to advise on the use of resistors
for pulse applications and to supply
information for high voltage use
and low-ohmic value, alternative
mountings and termination type.

Characteristics - 
Electrical

Dissipation on 75°C Heatsink (Watts): 1000 (500 per element)
Without Heatsink (Tambient: 23°C): 200 (100 per element)
Power Overload (∆R <0.25%): 4 x Prated for 20s
Ohmic value - Per Element (Ohms): 3R3 - 750K
Tolerance: 5% Standard (1%, 2%, 3%, 10% Available)
Limiting Element Voltage (DC/ACrms) Volts: 3.2kV (subject to resistor value)
Insulation Resistance @500V dc (Ohms) >50 x 109

Dielectric Strength - Terminal to Terminal (AC peak): 12 kV
Terminal to Case: 12 kV
Mounting Orientation: Vertical
Inductance (H): <3.8µH (at 44Ω)
Capacitance (F): 130pF
Partial Discharge (C): <5pC at 3.7KVRMS
Time Constant (µs): <0.1
Creep Path (mm): 50
Weight (g): 1646
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal resistance is

acceptable, up rating is not recommended. The use of proprietary heat sink
compound to improve thermal conductivity is essential.

Dimensions

Key Features
■ 1000W in a 150cm2

Footprint
• Exceptional power

density of 6.7 W/cm2

■ Partial Discharge
< 5pC at 3.7kV RMS
• Giving quality, reliability 

and long life

■ 12kV Voltage Isolation
• Meeting tough

specifications with a
factor of safety

■ Special Pulse Options
Available
• Maximised wire wound 

element technology for 
high pulse energy 
absorption

■ Low Inductance and
Capacitance
• For the fastest switching 

speeds

■ Unparalleled Insulation 
Resistance
• 50GΩ offers high

performance in every 
application

Applications
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High Pow
er Resistors

Aluminium Housed Power Resistors

Type R3000 Series (continued)

Derating Curve

Pulse Energy

Surface Temperature Rise
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Common Part

0.1ohm (100mΩ) R10

1 ohm (1000mΩ) 1R0

1K (1000Ω) 1K0

Resistance Value

F - 1%

G - 2%

E - 3%

J – 5%

K - 10%

Tolerance

R3000 - Aluminium
Housed Power Resistor

How to Order
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Aluminium Housed Power Resistor

Type CJS Series

Key Features
■ High Power Dissipation

• Up to 1000W with a 
heatsink, and 525W 
without

■ Unsurpassed Pulse 
Capability
• Large active element 

can absorb 18kJ

■ High Voltage Withstand
• Reliability at 3kV

■ High Stability
• Specify the CJS with 

complete confidence

■ 10 Times Overload Rating
• A compact and cost 

effective solution

Applications
■ Braking

■ Capacitor Charging & 
Discharging

■ Crowbar

■ Filter

■ Power Supplies

■ Electrical Machinery

Type CJS Series

Tyco Electronics Components is the

leading European supplier of

standard and custom designed

mineral insulated resistors for

general-purpose, drives and

controls.

The CJS mineral filled power resistor

in durable aluminium housing

offers high performance as a

braking resistor for large drives.

The high overload rating enables the

absorption of high-energy pulses

with a compact device.

A variety of terminations are 

available to meet customer 

requirements including Faston,

terminals, butt splices etc.

Characteristics - 
Electrical

CJS275 CJS300 CJS550 CJS600 CJS700 CJS1000
Dissipation at 25°C - With Heatsink (W): 275W 300W 550W 600W 700W 1000W
Without Heatsink: 175W 225W 325W 450W 525W 525W
Ohimic Value - Min (Ω): 1R0 1R0 2R0 2R0 2R0 2R0
Max: 7k5 13k 26k 32k 32k 36k
Maximum Working Voltage - DC/ACrms (Volts): 3kV 3kV 3kV 3kV 3kV 3kV
Dielectric Strength - AC peak (Volts): 5kV 5kV 5kV 5kV 5kV 3.5kV
Capacitance to Ground: 35pF 60pF 115pF 122pF 165pF 165pF
Insulation Resistance (Ω): > 100M at 500V
Stability - % Resistance Change, 1000 hours (%): <5% <5% <5% <5% <5% <5%
Standard Heatsink: Liquid Cooled (75˚C max) 0.24˚C/W
Weight (g): 990 1450 2125 2590 3675 3675
Cable Length: 1m
Mounting: Vertical
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal

resistance is acceptable, up rating is not recommended. The use
of proprietary heat sink compound to improve

thermal conductivity is essential.

Dimensions - CJS1000 / CJS700 / CJS600 / CJS550

Type A B C D
CJS275 – – 200 190
CJS300 – – 280 270
CJS550 280 270 – –
CJS600 340 330 – –
CJS700 400 390 – –
CJS1000 400 390 – –

83.5

51.9

22.5°

A

FIXING HOLE CTRS
B

40.0

ø5.5 TYP

Dimensions - CJS300 / CJS275

54.5

57.4
22.5°

C

FIXING HOLE CTRS
D

ø5.5 TYP
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High Pow
er Resistors

Aluminium Housed Power Resistor

Type CJS Series (continued)

Derating Curve Pulse Energy

Power Overload
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Power Rating at
25°C wih Heat Sink

0.1ohm (100mΩ) R10

1 ohm (1000mΩ) 1R0

1K (1000Ω) 1K0

Resistance Value Tolerance

CJS - Aluminium Housed
Power Resistor

J - 5%

K - 10%

How to Order
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Low Profile Power Resistor

Type CJR Series

Key Features
■ High Power Dissipation

• 1000W in a 15mm
package

■ Low Profile
• Fits where other

resistors cannot

■ IP64 Environmental 
Protection
• World-wide use in any 

industry

■ High Pulse Capability
• Fits today’s dynamic 

breaking requirements

■ Overload 20 Times
Rated Power
• A compact and cost 

effective solution

■ Silicone-Free
• Designed for automotive 

assembly lines

Applications
■ Braking

■ Capacitor Charging &
Discharging

■ Crowbar

■ Filter

■ Power Supplies

■ Electrical Machinery

■ Robotics

Type CJR Series

The CJR range of power resistors

are aluminium housed and wire

wound, designed to withstand high

adiabatic pulses in a compact

package. These devices offer a

high power dissipation capacity

with the appropriate heat sink and

superior environmental protection

(IP64). The product is silicone free

for specific use on assembly cells

within the automotive assembly

industry.

Characteristics - 
Electrical

CJR250 CJR500 CJR750 CJR1000
Power Dissipation Free Air (W): 100 150 200 250
Power Dissipation Mounted on Heatsink (W): 250 500 750 1000
Ohmic Value Min (Ohms): 1Ω 1Ω 2Ω 2Ω
Max: 30Ω 60Ω 100Ω 130Ω
Resistance Tolerance (%): 5%, 10% 5%, 10% 5%, 10% 5%, 10%
Maximum Case Temperature (°C): 270 270 270 270
Stability at Rated Power - 1000hr’s (%): ±6.5% ±6.5% ±6.5% ±6.5%
Insulation Resistance @500V (GΩ): >1.0 >1.0 >1.0 >1.0
Isolation Voltage - 1min AC rms (kV): 2.5kV 2.5kV 2.5kV 2.5kV
Series Inductance @ 10kHz (mH): <2.5 <4.5 <5.0 <13.0
Capacitance terminal to case @ 10kHz (pF) <200 <300 <400 <500
Operating Temperature Range (°C): -40 to 75 -40 to 75 -40 to 75 -40 to 75
Overload Ratings: 20 x Rated power for 1 second every minute

4 x Rated power for 5 seconds every minute
Terminations: PTFE / ETFE coated flying leads (to BS6360)
Storage Temperature Range (°C): -40 to 270
IP Rating: IP64
Case Finish: Natural Anodised
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal

resistance is acceptable, up rating is not recommended. The use
of proprietary heat sink compound to improve

thermal conductivity is essential.

L2

L3 L3

L1

72
.0

60
.0

ø4.8 15

Dimensions

Type L1 L2 L3
CJR250 110 90 -
CJR500 190 170 85
CJR750 270 250 125
CJR1000 350 330 165
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er Resistors

Low Profile Power Resistor

Type CJR Series (continued)

Derating Curve

Pulse Energy
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Resistance Value Tolerance

CJR - Low Profile
Power Resistor

J - 5%

K - 10%

How to Order
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Low Profile Power Resistor

Type CJB Series

Key Features
■ High Power Dissipation

• 1000W for under 1kg

■ Low Profile
• Fits where other 

resistors don’t

■ IP64 Environmental 
Protection
• Worldwide use in any 

industry

■ High Pulse Capability
• Fits todays dynamic 

braking requirements

■ Overload 20 times rated 
power
• Providing a size and 

cost effective solution

Applications
■ Braking

■ Capacitor Charging &
Discharging

■ Crowbar

■ Filter

■ Power Supplies

■ Electrical Machinery

Type CJB Series

The CJB range of power resistors

is aluminium housed and

wirewound, designed to withstand

high adiabatic pulses in a compact

package. These devices offer a high

power dissipation capacity with the

appropriate heatsink and superior

environmental protection (IP64).

Tyco Electronics Components can

test resistors to conform to relevant

international MIL and customer

specifications and will advise on

the use of resistors for pulse

applications.

Characteristics - 
Electrical

CJB250 CJB500 CJB750 CJB1000
Power Rating Free Air (W): 100 150 200 250
Power Rating Mounted on Heatsink (W): 250 500 750 1000
Maximum Case Temperature (°C): 270
Stability at Rated Power (1000hrs): ±6.5%
Resistance Range (Ω): 1 – 30 1 – 60 1 – 100 1 – 130
Tolerances Available: ± 5%, ±10%
Insulation Resistance @ 500V (GΩ): >1.0
Isolation Voltage (1 minute ACrms): 2.5kV
Series Inductance @ 10kHz (mH): <2.5 <4.5 <5.0 <13.0
Capacitance Terminal to Case @ 10kHz (pF): <200 <300 <400 <500
Operating Temperature (°C): -40 to +70
Overload Rating: 20x Rated Power For 1 Second Every Minute
Overload Rating: 4x Rated Power For 5 Seconds Every Minute
Terminations: Silicone Coated Flying Leads
Storage Temperature (°C): -40 to +270
IP Rating: 64
Case Finish: Natural Anodised
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal

resistance is acceptable, up rating is not recommended. The use
of proprietary heat sink compound to improve

thermal conductivity is essential.

L2

L3 L3

L1

72
.0

60
.0

ø4.8 15

Dimensions

Type L1 L2 L3
CJB250 110 90 -
CJB500 190 170 85
CJB750 270 250 125
CJB1000 350 330 165
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Low Profile Power Resistor

Type CJB Series (continued)

Derating Curves

Pulse Energy
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Common Part
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1ohm
(1000 mille ohms)

1R0

Resistance Value Tolerance

CJB - Low Profile
Power Resistor

J - 5%

K - 10%

How to Order
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Direct Water Cooled Power Resistors

Type HS600 Series

■ Braking
■ Balancing
■ Capacitor Charging & 

Discharging

■ Crowbar
■ Filter
■ Power Supplies

■ Electrical Machinery
■ Inrush Limiting

Type HS600 Series

Tyco Electronics Components is the
leading European supplier of standard
and custom designed aluminium
housed resistors for general-
purpose use, power supplies, power
generation and the traction industry.
The HS600 resistor is based on the
proven HSC300 power resistor,
offering double the power capacity
when cooled by liquid flowing through
a coil encased in the cast aluminium
body.
Water-cooling enables high power
dissipation in a very small envelope as
no heatsink is required. The use of
proven HS technology ensures
reliability and stability.
The resistors are made from quality
materials for optimum reliability and
stability. Tyco Electronics Components
can test resistors to conform to
relevant international, MIL or customer
specifications.
Tyco Electronics Components is
happy to advise on the use of resistors
for pulse applications and to supply
information for high voltage use
and low-ohmic value, alternative
mountings and termination type.

Characteristics - 
Electrical

Dissipation at 25°C (Watts): 600W
Ohimic Value - Min (Ohms): 0R6
Max: 62K
Maximum Working Voltage - DC/ACrms (Volts): 2.5 KV
Dielectric Strength - AC peak (Volts): 3.5KV
Mounting Style: Vertically or Horizontally
Number of Mounting Holes: 3
Weight: 1.25 kg
Creep Path: 20mm min
Coolant Liquid Flow: >0.8l/m
Pressure Drop: >0.4 atm
Coolant Temperature: <56°C
Long-Term Stability: For improvements in long-term stability, resistors must be derated as follows;

for 50% of stated ∆R maximum dissipation must not exceed 70% of rating;
for 25% of stated ∆R maximum, dissipation must not exceed 50% of rating.

Insulation Resistance: Dry: 10,000MΩ minimum. After moisture test: 1000MΩ minimum.
Specification: Temperature coefficient below 100R, 50ppm/°C

Temperature coefficient above 100R, 30ppm/°C
Tolerance, 5% standard: 10%, 3%, 2%, & 1% available.

Dimensions - Stainless Steel Tabs

Stainless Steel M6 Threaded Stud

Key Features
■ 600W Power Dissipation

• Direct water cooling 
eliminates the cost, 
weight and size penalty 
of heatsinking

■ Established Product with 
Proven Reliability
• Leading the field with 

over 40 years of
manufacture

■ No Need for Deionised
Water
• Mixing water and high 

voltage safely

■ 10000MΩ Insulation 
Resistance
• You won’t need higher

■ Horizontal or Vertical
Mounting
• For flexible designs at 

high power density
Applications
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Direct Water Cooled Power Resistors

Type HS600 Series (continued)

Derating Curve*

Pulse Energy

Surface Temperature Rise*
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The HS600 Series is normally custom designed to meet a specific application. Tyco Electronics Components will
allocate a specific part number – Please discuss with our Technical Sales Staff.

How to Order

* Water Inlet Temperature 25°C

* Water Inlet Temperature 25°C
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Aluminium Housed Power Resistors

Type CFH Series

Key Features
■ 2200W in a 72cm2

footprint
• Unparalleled power

density of 31W/cm2

■ Impressive Pulse 
Capability
• Large active element 

can absorb up to 24kJ

■ No Heatsink Required
• Dissipates up to 950W 

in free air

■ Slimline Casing
• 30mm casing height for 

design flexibility

■ Environmental Protection 
to IP55
• Reliable in the harshest 

conditions

Applications
■ Braking
■ Balancing
■ Capacitor Charging & 

Discharging
■ Crowbar
■ Filter
■ Power Supplies
■ Electrical Machinery
■ Inrush Limiting

Type CFH Series

The CFH high quality range of
aluminium housed power resistors
offers environmental protection to
IP55, 6kV dielectric strength, 1.8kW
power dissipation, and the ability to
absorb electrical pulses of up to
24kJ.
The use of advanced materials in the
construction of this device enables
operating temperatures of up to
450ºC giving very high power
density.  

Characteristics - 
Electrical

CFH350 CFH500 CFH750 CFH1100
Dissipation @ 25°C with Heatsink (Watts): 650 850 1300 1800
Without Heatsink: 350 500 750 1100
With Water Cooled Heatsink (40°C): 750 1000 1500 2200
Overload Rating (5s): 4000 5600 8000 12000
Ohmic Value Min (Ohms): 0R5 0R5 0R5 0R5
Max: 10K 18K 27K 27K
Tolerance: ±5% Standard
Maximum Working Voltage (DC/ACrms) Volts: 1500 2500 3500 4000
Insulation Resistance (Volts): >=10000 MΩ
Dielectric Strength (AC peak) Volts: 4500 standard and 6000 special
Inductance (Henries): 5-50 µH at 7-70 µH at 10-100 µH at 20-200 µH at

1000 Hz 1000 Hz 1000 Hz 1000 Hz
Standard Heatsink area (mm2): 1600 1600 1600 1600
Thickness (mm): 135 135 135 135
Protection Grade (IP): IP55
Mounting: Vertically
Cable Length: 300mm
Weight (g): 460 670 920 1250
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal

resistance is acceptable, up rating is not recommended. The use
of proprietary heat sink compound to improve

thermal conductivity is essential.

Dimensions

Type CFH350 CFH500 CFH750 CFH1100
A 110 mm 160 mm 220 mm 320 mm
B 60 mm 110 mm 140 mm 240 mm

A

B

30lf

ø6.2

71 9582 ±2
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Aluminium Housed Power Resistors

Type CFH Series

Derating Curve Pulse Energy

Surface Temperature Rise

CFH 750 680R J

Common Part

350

500

750

1100

Type

0.1ohm (100mΩ) R10

1 ohm (1000mΩ) 1R0

1K (1000Ω) 1K0

Resistance Value Tolerance

CFH - Aluminium
Housed Power Resistor J – 5%

How to Order
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Thick Film Power Resistors

Type BDS600 Series

Key Features
■ 600W in a 34.2cm2

footprint
• Gives an impressive 

power density of 
17.5W/cm2

■ Inductance < 80nH
• Virtually inductance-free

■ Wide resistance range: 
0.5Ω to 100kΩ
• Coupled with 1%

tolerance gives ultimate 
design flexibility

■ Multiple terminal
configurations
• For demanding creep 

and clearance
requirements

■ Partial discharge
<5pC at 5kV
• Guaranteeing quality, 

reliability and long life

Applications
■ Snubbing (Low inductance)
■ Filter (Low inductance)
■ High Voltage

■ High Frequency
■ Balancing

Type BDS600 Series

With a maximum inductance of 80µH
and a rated power of 600W (60°C
Heatsink) in a 57mm x 60mm casing,
the BDS600 offers high power
density over a wide range of ohmic
values (0R5 – 100K).
This high power density resistor is
made from quality materials for
optimum reliability and stability with
very low partial discharge.
Tyco Electronics Components can
test resistors to conform to relevant
international, MIL or customer
specifications, and will advise on the
use of resistors for pulse applications
(special pulse duty options available)
and high voltage usage (high voltage
designs available). The BDS600 offers
a limiting element voltage of 5kVac
rms, and 10kV isolation voltage
(terminal to heatsink).
Resistors with 1% tolerance,
alternative terminations or flying leads
are available, and custom designs are
welcome.
This product is available via
distribution.

Characteristics - 
Electrical

Resistance Range: 0R5 – 100K
Resistance Tolerance: ± 10%, 5% (Tighter by discussion)
TCR: ± 150ppm/°C
Rated Power: Heatsink: 60°C 600W
Capacitance: Parallel 40pF

To Earth 110pF
Series Inductance: <80nH (Maximum)
Limiting Element Voltage: 5kV dc/ac rms
Isolating Voltage: (Terminal to Heatsink) 10kV ac rms
Single Shot Voltage: 1.5/50ms 12kV
Insulation Resistance: (at 500V dc) >1000MΩ
Partial Discharge: at 7kV <500pC

at 5kV <5pC
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal resistance is

acceptable, up rating is not recommended. The use of proprietary heat sink
compound to improve thermal conductivity is essential.

Environmental

Endurance (Rated Power): Full Load, 1000h, 25°C ∆R 0.4% Typ
Humidity Load Life: 56 Days, 40°C, 95% RH ∆R 0.25% Typ
Temperature Cycling: -55°C to +125°C, 5cycles ∆R 0.2% Typ
Storage Temp: -55°C to +155°C
Operating Temp: -55°C to +140°C (200°C on req.)
Short Term Overload: 1000W, 10s ∆R 0.4% Typ
Vibration: 2-5000Hz/10g ∆R 0.25% Typ
Bump: 40g 4000 bumps ∆R 0.25% Typ

Mechanical

Terminal Size: M5
Terminal Torque (max.): 2Nm
Creepage Distance: 48mm
Air Gap: To Heatsink 14mm
Heatsink Surface Finish: Ra < 6µm
Heatsink Flatness: 0.05mm
Thermal Grease: (0.05°C/Wmm) Required
Weight: 160g
Max. Mounting Torque: 1.8Nm

Dimensions

ø4.1 ±0.2
0.05

18.07.0

15.0

5.0 ±0.5

øM557.0 ±0.2
34.0 ±0.2

65.0

36
.0

±0
.3

60
.0

30.0 ±0.5
32.0 ±0.5
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Thick Film Power Resistors

Type BDS600 Series (continued)

Derating Curve Pulse Energy

How to Order

BDS 2 A 600 1K0 J

Common Part
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Circuit Type

600 - 600 Watts

Power Dissipation Resistance Value
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F - 1%

J - 5%

K - 10%
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Heatsink Assemblies

Bespoke Solutions

■ Rail
■ Marine
■ Power Transmission and Distribution
■ Electrical Machinery

■ Capacitor Charging and Discharging
■ Crowbar
■ Filter
■ Braking

Bespoke Solutions

Tyco Electronics Components is
pleased to offer customers the
opportunity to specify resistor/heatsink
assemblies to meet the most
demanding applications. With the
assistance of our Engineering team,
you can create the optimum solution
to suit your application.  Our fully
assembled, ‘drop-in’ assemblies give
you complete flexibility to select
resistors, heatsink type, cables,
terminal posts, fixings and connectors
to meet your own specification.

Heatsink assemblies are custom designed to meet a specific application. Tyco Electronics Components will allocate a
specific part number – Please discuss with our Technical Sales Staff.

Key Features
■ Bespoke Solution

• Can be treated as a 
component not an 
assembly

■ Engineered From
Specification to 
Completion
• We turn your

specification into a 
drop-in solution

■ Complete Flexibility
• A wide range of

resistors, heatsinks,
terminal posts, fixings, 
wiring harnesses and 
connectors to suit every 
application

■ Convection or Water
Cooling
• Designed to meet your 

performance and cost 
requirements

■ Reduce Cabinet
Temperature for End-User
• Increases component 

life and system
reliability

Applications

How to Order
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er Resistors

High Power Resistors

Customisation Cabability

As a leading manufacturer of resistive products, Tyco Electronics serves a wide range of

sectors with both standard and custom-designed solutions. Products are designed to

meet demanding environmental, safety and cost criteria. Core markets include industrial

machinery, transportation, marine, aerospace, electrical appliances, automotive and

commercial.

Tyco Electronics’ custom capability includes bespoke product developments as well as

product modifications. Our experienced design teams work closely with our customers’

engineering personnel to design advanced products that meet their exact requirements.

The complete process from design to product delivery is completed to agreed timescales

and budgets. 

Materials used are of the highest quality and selected for optimum stability and

reliability. Manufacturing processes include thick film, thin film, wire-wound and

foil technology. Core processes can be adapted to achieve low or high resistive values.

Examples of recent product developments include a combination of unique thick

film and wire-wound resistors used in the propulsion system of the new generation

destroyer, and a specially designed braking resistor used in the actuation system of

fly by wire airliners.

Standard products are available in numerous styles and technologies and offer complete

flexibility - including mechanical customisation for heatsinks, terminal posts, fixings,

wiring harnesses and connectors. The base technology and materials can be adapted to

suit any specific electrical requirements such as reduced temperature co-efficient, close

tolerances, high voltage requirements, overload and adiabatic demands within space

and internal temperature constraints.

The customisation and development programme also includes in-house product testing

in our own R & D laboratory. The range of tests can be designed in conjunction with

customer specifications to include cyclic rated power and overload testing, adiabatic

(single shot and frequency) testing, environmental, mechanical and repetitive pulse

testing. Qualification testing is carried out to a proven procedure and the product

development stages are well documented and approved by a design approval team.

As part of our design services Tyco Electronics works with customers at their own

premises to compare test results and calibrate equipment to achieve equal results.

3D visualisation of the end product is available so that our customer and our design

team have a full understanding from very early on in the project, what the final product

will look like.

Last but not least, Tyco Electronics offers a variety of packaging options as well as

special cases and configurations. Options on cooling systems, custom lead formations,

matched resistance solutions, custom windings and foil technology in stamped or etched

solutions are available. We can also provide a variety of product insulations and coatings

for a range of ceramic cores in rods, tubes or flat substrates.

Our design team is waiting for the opportunity to discuss your specifications and provide

you with prompt, cost effective solutions to meet your ever changing business needs.
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Choosing the right
Passives Device

FIXED
RESISTORS

HIGH VOLTAGE

SMD /
LEADED

LEADED

ELEMENT

VOLTAGE VOLTAGE

HB

HBS

HH

HJ

HMG

HVR

KHS

RGP

KHSA

Other parameters to be aware of:

Component Size
Power Rating Required

Pin Configuration
Voltage Rating

Temperature Coefficient
Resistance Tolerance

Current Rating
Ohmic Value Range

THICK FILM WIREWOUND
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High Voltage Resistors

Tyco Electronics has been manufacturing its CGS brand of power resistors for

over 50 years.

We have an extensive range of high voltage products in power ratings from 0.25 watt to

100 watt and with operating voltages up to 50kV.  Ohmic values start from as low as 10

milliohms and reach 10 Gigaohms in certain ranges.  

Our choice of technology includes thick film and Wirewound products. Our extensive

standard range can be customised to include housings, leads, cables, terminations and

they can be packaged into special cases and configurations.

All our products are tested at our in-house facility to ensure long term stability and

endurance and adherence to our own rigorous specifications.

■ High Voltage Withstand

■ High Surge Energy Rating

■ Wide Resistivity Range

■ Extensive range of wattages

■ Custom Design Solutions Available

■ Wide range of Technologies

■ In House Test Facility

■ Highly qualified and experienced design team

■ Compact sizes available

■ Brand name CGS

Max Power Ohmic Value Working
Rating Watts Range Tolerance Voltage Family Page

0.25 1M-100M 5 250V HMG 110
4 1M0-10G 5-10 15kV RGP 111
3 100K-100M 0.1-0.25 10kV HJ 112
6 100K-2G0 1-10 20kV HH 113
4 1K0-1G0 1-5 15KV HB 114-115

50/100 2K0-1G0 1-10 50KV HVR 116-117
50 R01-100K 0.5-10 1.25KV KHS 118-119
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D

Key Features
■ Small Dimensions

■ High Power-Size Ratio

■ Values up to 500 Meg

■ Flameproof Construction

■ Temperature Coefficient
100ppm/°C or 250ppm/°C

■ All Product Bandoliered

Type HMG Series

The Tyco Electronics Components Type

HMG resistor is suited to applications

requiring small size, high voltage, high

impedance and high stability. Consistent

quality and reliability is achieved via a

metal film deposition on a high purity

ceramic core. Multi layer epoxy

coating offers excellent environmental

protection. 

The HMG Series is attractively priced

and particularly well suited to use as

voltage dividers, in X ray equipment, and

in high voltage power supplies.

Dimensions

Characteristics -
Electrical

HMG25 HMG50 HMG100
T.C.R.: 100ppm/°C 250ppm/°C 100ppm/°C 250ppm/°C 100ppm/°C 250ppm/°C
Tolerance: ±1.0 ±5.0 ±1.0 ±5.0 ±1.0 ±5.0 ±1.0 ±5.0 ±1.0 ±5.0 ±1.0 ±5.0
Resistance Range (Ω): 100K-10M 100k-10M 100K-50M 100K-50M 100K-30M 100K-30M 100K-50M 100K-100M 100K-50M 100K-100M 100K-50M 100K-500M

Power Rating (W): 0.25 0.5 1.0
Max. Working Voltage (V): 250 500 750
Max. Overload Voltage (V): 500 1000 1500
Rating Ambient Temp (°C): +70

Environmental

Operating Temperature Range: -55°C to +125°C

Power Derating Curve
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HMG 25 10M J

Common Part

25 - 1/4 Watt

50 - 1/2 Watt

100 - 1 Watt

Size

1 M Ohm
(1000000 Ohms) 1M0

10M Ohm
(10000000 Ohms) 10M

Resistance Value Resistance Tolerance

HMG - High Value
Metal Film Resistor

F - 1%

J - 5%

How to Order

Style L D l d
HMG25 6.4 ± 0.8 2.3 ± 0.5 27 min. 0.6 ± 0.1
HMG50 9.5 ± 1.0 3.5 ± 1.0 38 ± 3 0.8 ± 0.1
HMG100 14.2 ± 1.6 4.8 ± 1.0 38 ± 3 1.0 ± 0.1

Pack Quantities - 2000 pieces
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High Voltage Resistors

L

d
D

Key Features
■ The thick film is suitable for 

the manufacture of very high 
resistance values and for 
high voltage working
components.

■ The combination of high
values and high working
voltage makes these
components ideally suited
for such applications as TVs, 
electrical measuring
equipment etc..

■ Thick film metal glaze series 
for high ohmic values and 
high voltage surge rating with 
a range up to 10 Gohm.

■ Product Supplied in Ammo 
Packs

■ Legend Marked*

Type RGP Series

Metal glaze resistors are manufactured

using thick film techniques. The

ceramic slugs have the thick film

applied, the film is fired and end caps

are forced onto the slugs, the resistive

element is spiralled to value and lead

wires are welded onto the end caps.

Four layers of coating are applied -

the first being a phenolic resin, the

other three being epoxy.

Characteristics - 
Electrical

*RGP0207CH RGP50 RGP100 RGP200 RGP300 RGP400
Rated Power @ 70°C (W): 0.25 0.5 1 2 3 4
Resistance Range (ohms) Min: 1M0 1M0 1M0 1M0 1M0 1M0

Max: 1G0 3G0 5G0 5G0 10G 10G
Tolerance (%): 5      10
Code Letter: J      K
Temperature Coefficient Max (ppm/°C): ±350
Selection Series: E24
Limiting Element Voltage (V): 750 1K0 1K5 5K0 10K 15K
Maximum Overload Voltage (V): 1K0 1K5 2K5 7K5 15K 20K
Operating Temperature Range (°C): -55 to +155
Climatic Category: 55/155/56
Voltage Coefficient (±%/V): 0.005
Typical Noise at 47Mohm: 0.75
Dielectric Strength (V): 300
Insulation Resistance (Mohms): 1000

Derating Curve

Dimensions

Style L ± 1 D ± 0.5 d ± 0.1 l ± 2
*RGP0207CH 6.5 2.5 0.6 28

RGP50 13.0 4.5 0.8 38
RGP100 14.5 5.5 0.8 38
RGP200 27.0 7.0 0.8 38
RGP300 42.0 7.0 0.8 38
RGP400 52.0 8.0 1.0 38

* Product supplied with a 4 colour band
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How to Order

RGP 0207 J 100R

Common Part
0207 - 0.25W

50 - 0.5W

100 - 1W

200 - 2W

300 - 3W

400 - 4W

Style

J - 5%

Tolerance Value

RGP - Metal Glaze
Fixed Resistor

100 ohm
(100 ohms) 100R

1K0
(1000 ohms) 1K0

100K ohm
(100,000 ohms) 100K
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High Precision / High Voltage Resistors

Type HJ Series

Key Features
■ Low TCR’s

■ Close Resistance Tolerances

■ Small compact size

■ High Reliability

■ Excellent long-term stability

■ High resistance to pulse
voltages

■ Special Coatings for High 
Humidity

■ High thermal shock
resistance when mounted
to PCB

Type HJ Series

The HJ type resistors have higher

reliability when they are mounted on

board, and excellent long term stability.

These are used mainly in

semi- conductor equipments, X-ray

apparatus, and many other measuring

instruments.

Derating Curve
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Characteristics - 
Electrical

Power Rating Max. Working Impulse Voltage Resistance Resistance Temperature
Type @ 25°C Voltage DC (kV) 1.2 x 50 Range Tolerance Coefficient

(W) (kV) Microseconds (Ohms) (%) (ppm)
HJ55 0.25W 0.75 1.5 100K-100M 0.1, 0.25 ±25, ±50, ±100
HJ60 0.5W 1.5 3.0 100K-100M 0.1, 0.25 ±25, ±50, ±100
HJ65 1.0W 2.0 4.0 100K-100M 0.1, 0.25 ±25, ±50, ±100
HJ70 2.0W 5.0 10.0 100K-100M 0.1, 0.25 ±25, ±50, ±100
HJ80 3.0W 10.0 20.0 1M-100M 0.1, 0.25 ±25, ±50, ±100

Environmental

Test Item Characteristics Test Method
Operating Temperature Range: -55°C to +150°C
Short Term Overload: ±0.1% Rated Voltage x 2.5 applied for 5 seconds
Resistance to Soldering Heat: ±0.1% 260°C for 10 seconds or 380°C for

3 seconds
Thermal Shock: ±0.1% -55°C to +150°C, 5 cycles
Long Term Stability: ±0.3% At normal temperature and humidity for 

10,000 hours without load
Moisture Resistance: ±0.3% 40°C 90 ~ 95%RH for 1,000 hours

exposure without load
Load Life: ±0.5% 25°C Rated power x _ for 1,000 hours
Temperature Coefficient: “D” ±25ppm The test data is based on a temperature

“C” ±50ppm difference of 50°C (reference temperature
“Z” ±100ppm 25°C; measurement temperature, 75°C)

L

d
D

Style D ± 1 L ± 1.0 d ± 0.05 l min
HJ55 3.0 9.0 0.6 38
HJ60 4.5 13.0 0.8 38
HJ65 4.5 14.5 0.8 38
HJ70 5.5 26.5 1.0 38
HJ80 8.5 42.0 1.0 38

Dimensions

HJ55 100K B D

Common Part
100K Ohm

(100,000 Ohms) 100K

1 Meg Ohm
(1,000,000 Ohms) 1M0

Resistance Value

B - 0.1%

C - 0.25%

Tolerance T.C.R.
HJ55
HJ60
HJ65
HJ70
HJ80

D - ±25ppm

C - ±50ppm

Z - ±100ppm

How to Order
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High Voltage Resistors
High Voltage Resistors

Type HH Series

Key Features
■ Low TCR’s

■ Low Resistance Tolerances

■ Small compact size

■ Up to 6 Watts Dissipation

■ High Reliability

■ Excellent long-term stability

■ High resistance to pulse
voltages

■ High thermal shock 
resistance when mounted
to PCB

■ Power derates to zero
at 150°C

Type HH Series

The HH type resistors offer a very

stable high voltage resistor in a

compact package with excellent pulse

withstand capability.

These are used mainly in physical and

chemical measuring instruments, X-ray

apparatus, electron microscopes

and other high voltage industrial

applications.

Characteristics - 
Electrical

Power Rating Max. Working Impulse Voltage Resistance Resistance Temperature
Type @ 25°C Voltage DC (kV) 1.2 x 50 Range Tolerance Coefficient

(W) (kV) Microseconds (Ohms) (%) (ppm)
100K-50M ±25

HH55 0.5W 1.5 3.0 100K-100M 1.0, 2.0, 5.0, 10 ±50
100K-1G0 ±100

100K-100M ±25
HH60 1.0W 2.0 4.0 100K-500M 1.0, 2.0, 5.0, 10 ±50

100K-2G0 ±100
100K-100M ±25

HH65 2.0W 5.0 10.0 100K-500M 1.0, 2.0, 5.0, 10 ±50
100K-2G0 ±100

100K-100M ±25
HH70 3.0W 10.0 20.0 100K-500M 1.0, 2.0, 5.0, 10 ±50

100K-2G0 ±100

HH80 4.0W 15.0 30.0
100K-500M

1.0, 2.0, 5.0, 10
±50

100K-2G0 ±100

HH120 6.0W 20.0 40.0
100K-500M

1.0, 2.0, 5.0, 10
±50

100K-2G0 ±100

Environmental

Test Item Characteristics Test Method
Operating Temperature Range: -55°C to +150°C
Short Term Overload: ∆R ≤ ±0.5% Rated Voltage x 2.5 applied for 5 seconds
Resistance to Soldering Heat: ∆R ≤ ±0.2% 350°C for 3 seconds
Long Term Stability: ∆R ≤ ±0.5% At normal temperature and humidity for 

10,000 hours without load
Moisture Load Life: ∆R ≤ ±0.5% 40°C 90 ~ 95%RH for 1,000 hours
Load Life: ∆R ≤ ±0.5% 25°C Rated power x _ for 3,000 hours
Temperature Coefficient: “D” ±25ppm The test data is based on a temperature

“C” ±50ppm difference of 100°C (reference temperature
“Z” ±100ppm 25°C; measurement temperature, 125°C)

L

d
D

How to Order

HH55 100K F D

Common Part

100K Ohm
(100,000 Ohms) 100K

1 Meg Ohm
(1,000,000 Ohms) 1M0

Resistance Value

F - 1%

G - 2%

J - 5%

K - 10%

Tolerance T.C.R.
HH55
HH60
HH65
HH70
HH80
HH120

D - ±25ppm

C - ±50ppm

Z - ±100ppm

Style D-mm L-mm d-mm l-mm
HH55 4.5±1.0 13.0±1.0 0.8±0.05 38.0
HH60 4.5±1.0 14.5±1.0 0.8±0.05 38.0
HH65 5.5±1.0 26.5±1.0 1.0±0.05 38.0
HH70 5.5±1.0 42.0±1.0 1.0±0.05 38.0
HH80 8.5±1.0 52.0±1.0 1.0±0.05 38.0
HH120 8.5±1.0 77.0±1.0 1.0±0.05 38.0

Dimensions
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High Value / High Voltage Resistors

Type HB Series

Key Features
■ Up to 15kV Element

Voltage
• Unique specification

for the most demanding 
applications

■ High Ratio of Size
to Power
• The solution to your PCB 

population problems

■ Wide resistance range: 
1KΩ to 1GΩ
• Coupled with 1%

tolerance gives ultimate 
design flexibility 

■ Established Product with 
Proven Reliability

■ Low Inductance
• For the fastest switching 

speeds

Applications
■ High Voltage
■ Voltage Divider
■ Surge
■ Filter
■ Balancing
■ Inrush Limiting

Type HB Series

Tyco Electronics Components is a
leading European supplier of standard
and custom designed high value/high
voltage resistors for high voltage,
industrial, control, medical and
general-purpose use.
The HB is a tough epoxy coated high
voltage resistor, with axial or radial
leads, values up to 1G Ohm and an
operational voltage to 20kV as
standard and 30kV to order.
The resistors are made from quality
materials for optimum reliability and
stability. Tyco Electronics Components
can test resistors to conform to
relevant international, MIL or customer
specifications.
Tyco Electronics Components is
happy to advise on the use of resistors
for high frequency applications and to
supply information for high voltage
use.

Characteristics - 
Electrical

HBA HB1 HB3
Power Dissipation - Power @ 20°C (W): 0.8 2.0 4.0
@ 70°C: 0.4 1.0 2.0
Ohmic Value - Min (Ohms): 1K 10K 10K
Max: 120M 1G 1G
Resistance Tolerance (%): 1%, 2%, 5% 1%, 2%, 5% 1%, 2%, 5%
Maximum Working Voltage - DC or ACrms (Volts): 1kV 7.5kV 15kV
Insulation Resistance - Epoxy Coated, @500V dc (Ohms): >106MΩ >106MΩ >106MΩ
Load Stability - 1000hr’s @ 70°C (%): ±0.5% ±0.5% ±0.5%
Temp. Rapid Change - -55°C to 125°C for 5 cycles (∆R): ±0.1% ±0.1% ±0.1%
Endurance - 1000 Hours @ 200°C (∆R): <=2% <=2% <=2%
Resistance to Soldering Heat - 350°C for 3.5seconds (∆R): 0.05% 0.05% 0.05%
Temperature Coefficient (ppm/°C): ±100ppm/°C ±100ppm/°C ±100ppm/°C
(±20ppm/°C available to special order)
Voltage Coefficient: Negligible up to 100K Negligible up to 200K

Increasing to 0.02ppm/Volt at 800K
Increasing to

0.01ppm/Volt at 1M0

Increasing to 1.0ppm/Volt at 5M0
Increasing to

1.0ppm/Volt at 10M

Increasing to 2.0ppm/Volt at 50M
Increasing to

2.0ppm/Volt at 100M

Increasing to 8.0ppm/Volt at 100M
Increasing to

8.0ppm/Volt at 1000M
Ambient Temperature Range (°C): -55 to 125 -55 to 125 -55 to 125
Long Term Damp Heat (%): 0.25% 0.25% 0.25%
(Steady state 56 Days 95% RH at 40°C)
Noise (Quantech) Dependent -20dB (0.1µ V/V) at lower values
on Resistor Type and Value: +10dB (3.3µ V/V) at higher values
Encapsulation: Epoxy coating (Optional)
Solvent Resistance: Print will withstand the action of all

commonly used industrial solvents.
Lead Material: Tinned copper wire
Lead Length: Minimum 20mm
Lead Diameter: Nominal 0.6 ± 0.05mm

Dimensions -
Type HBA, HB1 & HB03 Type HB01 & HB03

F

G

I

H

D

B

E

C

A

Type A B C D E F G H I

HBA
Uncoated 10.2 7 1.75 60.2 5.0 – – – –

Epoxy Coated 12.5 8 2.6 60.5 5.0 – – – –

HB01
Uncoated 8.4 26 1.5 33.8 22.9 26 66 1.5 8.4

Epoxy Coated 10.4 26.5 3.0 35.8 22.9 26.3 66 3 9.2

HB03
Uncoated 8.4 51.1 1.5 33.8 48.3 51.1 91.1 1.5 8.4

Epoxy Coated 10.4 52 3.0 35.8 48.3 53.5 91.1 3 9.6



Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

115

High Voltage Resistors
High Value / High Voltage Resistors

Type HB Series (continued)
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How to Order

HB 3 1K0 J Z R E

Common Part

HB- High Value /
High Voltage Resistor

Power Rating
@ 70°C

A - 0.4W

1 - 1.0W

3 - 2.0W

Resistance Value
1Kohm

(1000Ω)
1K0

1Mohm
(1000000Ω)

1M0

Tolerance

F - 1%

G - 2%

J - 5%

Temp. Coefficient
of Resistance

Z - 100ppm

Lead Style

R - Radial Leads

A - Axial Leads
(HB1, HB3 only for

Axial Leads)

Coating Styles

E - Epoxy
Blue Coating

Surface Temperature Rise

Derating Curve
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High Value / High Voltage Resistors

Type HVR Series

Key Features
■ Highly Versatile Product

• Resistance values from 
2kΩ to 1GΩ and a range 
of mounting options

■ 50 kV Continuous 
Operating Voltage
• Unique specification for 

the most demanding 
applications

■ Low Inductance and 
Capacitance
• For high frequency 

applications into the
MHz range

■ Established Product
• High stability with 

proven reliability

Applications
■ High Frequency Switching 

(MHz)
■ Balancing 
■ Voltage Divider
■ High Voltage

Type HVR Series

Tyco Electronics Components is a
leading European supplier of high
specification power resistors for
specialist applications.The HVR range
consists of high power, high voltage
resistors capable of operating up to
50kV (continuous) and dissipating
50W in air or 100W oil. The thick film
resistor element is designed to
minimise inductance and capacitance
giving optimum performance at MHz
frequencies, and resistance to high
voltage surges.
The resistors are made from quality
materials for optimum reliability
and stability. Tyco Electronics
Components can test resistors to
conform to relevant international, MIL
or customer specifications.
Tyco Electronics Components is
happy to advise on the use of resistors
for pulse applications and to supply
information for high voltage use
and low-ohmic value, alternative
mountings and termination type.

Characteristics - 
Electrical

HVR10 HVR20 HVR30 HVR50
Ohmic Value Min (Ω): 2k0 2k0 2k0 2k0
Max: 1G0 1G0 1G0 1G0
Resistor Tolerance - Standard (%): 10% 10% 10% 10%
Options (R<400M): 5%, 1% 5%, 1% 5%, 1% 5%, 1%
Power Dissipation at 20°C (W): 5W 15W 25W 50W
At 70°C: 3W 10W 15W 25W
In Oil at 20°C: 10W 30W 50W 100W
Continuous Operating Voltage Max (V): 10kV 20kV 30kV 50kV
Temperature Coefficient of Resistance
20°C to 70°C (ppm/°C): < ±300ppm/°C< ±300ppm/°C < ±300ppm/°C < 300ppm/°C
Voltage Coefficient of Resistance - V > 100V (%): < ±2% < ±2% < ±2% < ±2%
Stability ∆R - 1000h Load Life (%) < ±2% < ±2% < ±2% < ±2%

Dimensions
Style B Style C

Style D

N

L

L

4

M5

E

E

A

10 (HVR10C - 5)

0.9
(HVR10B - 0.56)

L

1.1

5.6

S

P

T*

Type A E L N P S T
HVR10 6.3 12.0 60.0 53.2 18.2 28 -
HVR20 10.0 22.6 120.0 109.0 27.0 4.8 2.4
HVR30 17.5 30.6 120.0 109.0 34.0 6.3 3.1
HVR50 17.5 30.6 240.0 229.0 34.0 6.3 3.1

Style B

Type A E L N P S T
HVR10 6.3 10.5 60.0 - - - -
HVR20 10.0 20.2 120.0 - - - -
HVR30 17.5 28.2 120.0 - - - -
HVR50 17.5 28.2 240.0 - - - -

Style C

Type A E L N P S T
HVR10 6.3 10.0 70.0 - - - -
HVR20 10.0 21.5 140.0 - - - -
HVR30 17.5 30.0 140.0 - - - -
HVR50 17.5 30.0 260.0 - - - -

Style D



Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

117

High Voltage Resistors
High Value / High Voltage Resistors

Type HVR Series (continued)
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How to Order

HVR 10 B 2K J

Common Part Voltage Rating

B - Steel Lugs

C - Silver Ferrule

D - Tapped Brass
Ferule

Terminal Style Resistance Value

HVR- Aluminium
Housed Power

Resistor

2kΩ
(2000Ω)

2K

1MΩ
(1x106Ω)

1M0

1GΩ
(1x109Ω)

1G0

Tolerance
F - 1%

G - 2%

E - 3%

J - 5%

K - 10%

Surface Temperature Rise

Derating Curve

10 - 10kV

20 - 20kV

30 - 30kV

50 - 50kV
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Type KHSA Series

4.
0

5.0

R

N J

M

L

H

2 x Mounting Hole

KHSA25 - 3.3mm
KHSA50 - 3.3mm

10.0

P U

T

Key Features
■ Increased Dielectric 

Strength
• High voltage perform-

ance up to 1.25kV

■ Wide Resistance range: 
0.01Ω– 100kΩ
• Coupled with 1%

tolerance gives ultimate 
design flexibility

■ Broad Range of Options 
and Custom Design 
Capability
• The solution for your 

application

■ Proven Reliability at a 
competitive price
• Benefits from over 50 

years of HS resistor
design and manufacture

Type KHSA Series

Tyco Electronics Components is the
leading European supplier of standard
and custom designed aluminium
housed resistors for general-purpose
use, power supplies, power
generation and the traction industry.
The KHSA range of extremely
stable, high quality wire wound
resistors is capable of dissipating high
power in a limited space with
relatively low surface temperature. The
power is rapidly dissipated as heat
through the aluminium housing to a
specified heat sink. The KHSA offers
increased dielectric strength over the
standard range of HS resistors.
The resistors are made from quality
materials for optimum reliability and
stability. Tyco Electronics Components
can test resistors to conform to
relevant international, MIL or customer
specifications.
Tyco Electronics Components are
happy to advise on the use of resistors
for pulse applications and to supply
information for high voltage use
and low-ohmic value, alternative
mountings and termination type.

Characteristics - 
Electrical

KHSA25 KHSA50
Dissipation @ 25°C with Heatsink (Watts): 25 50
Without Heatsink: 12.5 25
Ohmic Value Min (Ohms): R01 R01
Max: 36K 100K
Maximum Working Voltage (DC or ACrms) Volts: 550V 1250V
Dielectric Strength (AC peak) Volts: 3.5kV 3.5kV
Insulation Resistance @ 500V (Ohms): >10GΩ >10GΩ
Stability (% resistance change, 1000 hours) (%): ≤ 2% ≤ 2%
Temperature Coefficient ppm/°C: <±50ppm/°C <±50ppm/°C
Environmental Category: -55/200/56 -55/200/56
Long Term Stability: For improvements in long-term stability, resistors must be derated as follows;

for 50% of stated ∆R maximum dissipation must not exceed 70% of rating; 
for 25% of stated ∆R maximum, dissipation must not exceed 50% of rating

Insulation Resistance: Dry: 10GΩ minimum. After moisture test: 1GΩ minimum.
Heat Dissipation: Although the use of proprietary heat sinks with lower thermal resistance is

acceptable, up rating is not recommended.
The use of proprietary heat sink compound to improve thermal conductivity is
recommended for optimum performance

Specification: Temperature coefficient below 100R, 50ppm/°C
Temperature coefficient above 100R, 30ppm/°C
Tolerance, 5% standard: 10%, 3%, 2%, 0.5% & 0.25% available
Tolerance for values below R10, 10% standard

Dimensions

Type H±0.3 J±0.3 K±0.3 L Max M Max N Max P Max R Min T±0.5 U Max
KHSA25 18.3 19.8 3.3 29.0 51.8 28.0 15.0 2.8 7.2 3.2
KHSA50 39.7 21.4 3.3 51.0 72.5 30.0 17.0 2.8 7.9 3.2

Applications
■ High Voltage
■ Filter
■ Crowbar
■ Braking

■ Balancing
■ Capacitor Charging & 

Discharging
■ Electrical Machinery
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High Voltage Resistors
Aluminium Housed Power Resistors

Type KHSA Series (continued)

Derating Curve Pulse Energy

Power Overload
Surface Temperature Rise

KHSA 50 680R J

Common Part

25

50

Power Rating (Watts)

0.1ohm (100mΩ) R10

1 ohm (1000mΩ) 1R0

1K (1000Ω) 1K0

Resistance Value Tolerance

KHSA - Aluminium
Housed Power Resistor

F – 1%

G – 2%

E – 3%

J – 5%

K – 10%

How to Order
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This graph indicates the amount that the rated power (at 20°C)
of the standard KHSA Series resistor may be increased for
overloads of 100mS to 60S
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Selection Guide

Choosing the right
Passives Device

FIXED
RESISTORS

FUSIBLE

SMD /
LEADED

SMD

ELEMENT

LEADED

ELEMENT

THICK FILM THIN FILM

WATTAGE WATTAGE

FCR

FKN

FRN

FSQ

OXIDE

WATTAGE

RSSF

Other parameters to be aware of:

Component Size
Power Rating Required

Pin Configuration
Voltage Rating

Temperature Coefficient
Resistance Tolerance

Current Rating
Ohmic Value Range
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Fusible Resistors

The CGS and Neohm ranges of Fusible Resistors are designed to provide protection in

safety critical and circuit protection applications.

Available in leaded and surface mount technology with permissible power rating to

10W, these devices use technologies in Film and Wirewound to give uniform fusing

times. With completely flameproof construction the products are suitable for many

applications.

■ Surface Mount products down to 0805 size

■ Power ratings to 10W

■ Operating temperatures to 275°C

■ High surge/overload capability

■ Solvent resistant coatings

■ Excellent long term stability

Max Power Ohmic Value Maximum Tightest
Rating Watts Range Fusing Time Tolerance Family Page

0.5W 1R0 - 100R 30s at 4W 5% FCR 122-123
3W R12 - 1K0 60s at 16 times rated power 5% FRN 124-125
5W R10 - 250R Various 5% FKN 126
10W R10 - 150R Various 5% FSQ 127
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Key Features
■ Chip resistors with known 

fusible characteristics.
These resistors will not
produce flames or smoke
during fusing.

■ Suitable for battery operated 
circuits.

■ Case sizes 0805, 1206
and 2010.

■ FCR chip resistors are
suitable for most
applications, including
high frequency operation.

Type FCR Series

Precious metal terminations are screen

printed onto a ceramic base and fired.

The resistive element is screen printed

and fired and the passivation layer

added. Each resistor is trimmed to

tolerance by sand blasting. The

prescribed tile is broken into strips, the

end plating is fired on and the strips

broken into individual components.

Final termination is made by

electroplating.

Characteristics - 
Electrical

0805 1206 2010
Rated Power @ 70°C (W): 0.1 0.125 0.5
Resistance Range (Ohms) Min: 1 1 1

Max: 51 100 100
Tolerance (%): 5
Code Letter: J
Temperature Coefficient (ppm/°C): 1000
Selection Series: E24
Operating Temperature Range (°C): -55 to +125
Climatic Category: 55/125/56
Fusing Characteristics (W):
10ms: 20 50
100ms: 8 17
Maximum Fusing Time (30 s): 2.0 2.5 4.0

Dimensions

Style L W t a b
0805 2.0 ±0.1 1.25 ±0.1 0.6 ±0.1 0.4 ±0.2 0.4 ±0.2
1206 3.2 ±0.2 1.6 ±0.2 0.6 ±0.1 0.5 ±0.3 0.5 ±0.25
2010 5.0 ±0.2 2.5 ±0.2 0.6 ±0.1 0.5 ±0.3 0.4 ±0.2/-0.1

Power Derating Curve
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Fusible Resistors

Performance Characteristics
The evaluation of the performance characteristics is carried out with reference to IEC
Specifications QC 400 000 and QC 400 600.

Storage
Unopened reels should be stored within a temperature range of +5°C to +25°C, separated from any dust, chemicals and
solvent based materials. Non-adherence to this procedure could affect the solderability of this product.

TEST REF Tests Test Requirements
4.24 Damp heat, steady state ±5%
4.25.1 Endurance at 70°C 0805 ±10%

1206, 2010 ±5%
4.13 Short Term Overload ±5%
4.19 Rapid change of temperature ±5%
4.18 Resistance to soldering heat ±3%

Mounting
The resistors are suitable for processing on automatic insertion equipment.

Marking
E24 series resistors are marked with a three digit code.

Packaging
All chip resistors are supplied on reels of 2000 or 5000 pieces.

How to Order

FCR 0805 J 1R0

Common Part

0805

1206

2010

Size

J - ±5%

Tolerance Value

FCR - Fusible 
Chip Resistor

1 Ohm
(1000 milliohms)

1R0

50 Ohms
(50 ohms)

50R

100 Ohms
(100 ohms)

100R
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Key Features
■ Superior quality resistors 

with fusing characteristics for 
overload conditions. 

■ Flame-proof during fusing.

■ Ideal for use in safety-critical 
and circuit protection
applications.

■ These resistors fuse in less 
than 60 seconds at 16 times 
rated power. (See table)

■ This series is UL approved.

Type FRN Series

The resistive element comprises a

resistive film sputtered onto a ceramic

element. Metal end caps are force

fitted to the element prior to spiralling.

Tinned copper lead wires are welded

to the end caps and the components

are then coated with four layers of a

flame-proof cement. All resistors are

tested for value and tolerance. The

technology allows the manufacture of

custom fusible characteristics.

Characteristics - 
Electrical

FRN25 FRN50S FRN100S FRN200S FRN300S
Rated Power @ 70°C (W): 0.25 0.5 1 2 3
Resistance Range (Ohms) Min: R12 R12 1R0 R30 R30

Max: 12K 12K 1K0 1K0 1K0
Tolerance (%): 5
Code Letter: J
Temperature Coefficient (ppm/°C): ±350 ±200 (-30°C to +150°C)
Selection Series: E12
Limiting Element Voltage: 250 250 300 300 300
Max Permitted Element Voltage: 250 250 300 350 350
Max Overload Voltage: 500 500 600 600 600
Max Intermittent Overload Voltage: 500 500 600 600 600
Max Withstand Voltage After Fusing: 300 350 450 450 450
Operating Temperature Range (°C): -55 to +155
Climatic Category: 55/155/56
Insulation Resistance 1000MMin Dry (ohms):

Dimensions

Style L D d Nom l
FRN25 6.3 ±0.5 2.3 ±0.3 0.54 25.0

FRN50S 6.3 ±0.5 2.3 ±0.3 0.54 25.0
FRN100S 9.0 ±0.5 3.2 ±0.5 0.54 25.0
FRN200S 11.0 ±1.0 4.5 ±1.0 0.70 25.0
FRN300S 15.0 ±1.0 5.5 ±1.0 0.80 25.0

Derating Curve - 
FRN25, FRN50S, FRN100S FRN200, FRN300
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Fusible Resistors

Performance Characteristics
The evaluation of the performance characteristics is carried out with reference to IECQ
specifications QC 400 000 and QC 400 100.

TEST REF Long Term Tests ±(5% + 0.5 ohm)
4.23 Climatic sequence
4.24 Damp heat, steady state
4.25.1 Endurance at 70 °C
4.25.3 Endurance at 155 °C
TEST REF Short Term Tests ±(1% + 0.05 ohm)
4.13 Overload
4.16 Robustness of terminations
4.18 Resistance to soldering heat
4.19 Rapid change of temperature
4.22 Vibration

Overload Power Maximum Fusing Time
16 times rated power 60 seconds
20 times rated power 40 seconds
24 times rated power 30 seconds
28 times rated power 20 seconds
32 times rated power 15 seconds

Mounting
The resistors are suitable for processing on automatic insertion equipment.

Marking
The resistors are marked with a 3 colour band code indicating the value.
The fourth band indicates the tolerance.
The fifth band denotes a fusible resistor.

Packaging
FRN25, FRN50S and FRN100S are normally supplied taped in 'ammo' boxes of 4,000 pieces.
FRN200S and FRN300S resistors are normally supplied taped in 'ammo' boxes of 1,000 pieces.
Other package styles available on request.

All tape specifications are in accordance with IEC 286-1.

Fusing Characteristics

How to Order

FRN 25 J 1K0

Common Part

25 - 1/4 Watt

50 - 1/2 Watt

100 - 1 Watt

200 - 2 Watts

300 - 3 Watts

Size

J - 5%

Tolerance Resistance Value

FRN - Fusible
Leaded Resistor

1 ohm
(1 ohm) 1R0

1K ohm
(1000 ohms) 1K0
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Key Features
■ Protects Circuit Boards

& Designs

■ Small Size, Competitive Price

■ Excellent Long Term Stability

■ Complete Flame Proof 
Construction

■ Solvent Proof

■ Resistant to High 
Temperature

■ Low Temperature Coefficient

■ Uniform in Fusing Time

Type FKN Series

There are some similarities between

resistors and fuses in material and

structure. Fusible Resistors perform

both functions, as a resistor in normal

conditions and as a fuse when

abnormal currents are applied, so as to

protect machinery and equipment.

Cost savings are apparent as one

component is eliminated.

The FKN Fusible Resistor series is

produced with precision techniques,

enabling precise and stable fusing

times.

Dimensions

Rated Dimensions Resistance
Wattage Range (Ohms)L±1.5 D±1.0 l±3.0 d±0.05

1W 9.0 4.0 30.0 0.65 0.1-22
2W 11.0 5.0 30.0 0.80 0.1-60
3W 13.0 5.5 38.0 0.80 0.1-100
5W 19.0 6.5 38.0 0.80 0.3-250

Characteristics -
Electrical

Operating Temperature (°C): -55 to +275
Resistance Temperature Coefficient (°C): -30 to +150 ±300ppm/°C
Short Time Overload: 2.5 times of rated voltage for 5 seconds ∆R < ±2%
Insulation Resistance: 500V Megger - 1000Mohms
Temperature Cycle (°C): -30 to +85 for 5 cycles ∆R < ±1%
Load Life: 70°C on-off cycle 1000 hours ∆R < ±5%
Moisture-Proof Load Life: 40°C 95% RH on-off cycle 1000 hours ∆R < ±5%
Solder Pot: 270°C for 3 seconds ∆R < ±1%
Incombustability: 16 times of rated wattage for 5 minutes - Not Flamed
Maximum Working Voltage: 500V

How to Order

FKN 3 R10 J T

Common Part

Example
3 - 3 Watts

Power Rating
0.1 Ohm

(100 milliohms) R10
1.0 Ohm

(1000 milliohms) 1R0
50 Ohms

(5000 milliohms) 50R

Resistance Value Tolerance

FKN - Silicone
Cement Coated J - ±5%

Packaging

T - Ammo Boxed

Fusing Characteristics
Fusing times can be decided by consultation with our design team to meet application requirements.

Derating Curve
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Fusible Resistors

Key Features
■ Protects Circuit Boards

& Designs

■ Small Size

■ Excellent Long Term Stability

■ Complete Flame Proof 
Construction

■ Resistant to High 
Temperature

■ Low Temperature Coefficient

■ Uniform in Fusing Time

Type FSQ Series

There are some similarities between

resistors and fuses in material and

structure. Fusible Resistors contain

both functions, as a resistor in normal

conditions and as a fuse when

abnormal currents are applied, so to

protect machinery and equipment.

Cost savings are apparent as one

component is eliminated.

The FSQ Fusible Resistor series is 

produced with precision techniques,

enabling precise and stable fusing

times.

Dimensions

Rated Dimensions Resistance
Power Range (Ohms)L±1.5 H±0.5 W±1.0 C±3.0 d±0.05

2W 18.0 7.0 7.0 35.0 0.65 R10-22
3W 22.0 8.0 8.0 35.0 0.8 R10-50
5W 22.0 9.0 10.0 35.0 0.8 R20-50
7W 35.0 9.0 10.0 35.0 0.8 R30-100
10W 48.0 9.0 10.0 35.0 0.8 R30-150

Characteristics -
Electrical

Operating Temperature (°C): -55 to +275
Resistance Temperature Coefficient (°C): -30 to +150 ±300ppm/°C
Short Time Overload: 2.5 times of rated voltage for 5 seconds ∆R < ±2%
Insulation Resistance: 500V Megger - 1000Mohms
Temperature Cycle (°C): -30 to +85 for 5 cycles ∆R < ±1%
Load Life: 70°C on-off cycle 1000 hours ∆R < ±5%
Moisture-Proof Load Life: 40°C 95% RH on-off cycle 1000 hours ∆R < ±5%
Solder Pot: 270°C for 3 seconds ∆R < ±1%
Incombustability: 16 times of rated power for 5 minutes - Not Flamed
Maximum Working Voltage: 1000 V

How to Order

FSQ 3W R10 J T

Common Part

Example:
3W
7W

Power Rating
0.1 Ohm

(100 milliohms) R10
1.0 Ohm

(1000 milliohms) 1R0
50 Ohms

(50000 milliohms) 50R

Resistance Value Tolerance

FSQ - Ceramic
Housed J - ±5%

Packaging

T - Ammo Boxed

Fusing Characteristics
Fusing times can be decided by consultation with our design team to meet application requirements.

Derating Curve

-50 0 50 100 150 200 250 300
275

100

80

60

40

20

0

Pe
rc

en
t R

at
ed

 P
ow

er

Ambient Temperature (°C)
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Selection Guide

Choosing the right
Passives Device

FIXED
RESISTORS

SMD /
LEADED

SMD

ELEMENT

LEADED

ELEMENT

THICK
FILM

WATTAGE

CRG

3250

RH73

MCN

TCR

Other parameters to be aware of:

Component Size
Power Rating Required

Pin Configuration
Voltage Rating

Temperature Coefficient
Resistance Tolerance

Current Rating
Ohmic Value Range

GENERAL
PURPOSE

METAL
FILM

WATTAGE

LR

ZR

METAL
OXIDE

WATTAGE

ROX

RSS

CARBON /
CERAMIC

COMPOSITION

WATTAGE

CBT

CCR

WIRE

WATTAGE

ES

CARBON
FILM

WATTAGE

CFR

THICK 
FILM

WATTAGE

SIL
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General Purpose Resistors

These resistors from the Neohm, CGS and Citec brands have a wide range of

applications and technologies. General purpose resistors are used in many electrical

and electronic applications.

The resistors encompass many different technologies including Thick Film, Metal (Thin)

Film, Wirewound, Carbon Film and Metal Oxide.

Ranging from small 0402 size surface mount resistors to larger size axial leaded

wirewound resistors, power ratings from 0.063W to 10W are available.

The product range also covers specialist applications such as trimmable resistors,

zero ohm links and carbon moulded resistors.

■ Surface mount products down to 0402 size

■ CCR and CBT series for high pulse applications

■ High Ohmic resistors to 100G ohm

■ Leaded and SMD resistor networks

■ SMD Trimmable resistors

■ Zero ohm links in 2 sizes

Max Power Ohmic Value Lowest Tightest
Rating Watts Range TCR Tolerance Family Page

1W 1R0 - 10M 100ppm 1% CRG 130-131
1W 1R0 - 1M0 200ppm 5% 3520 132

0.6W 10M - 100G 50ppm 2% RH73 133
0.063W 10R - 1M0 50ppm 1% MCN 134
0.125W 1R0 - 4M7 200ppm 15% TCR 135
0.75W 1R0 - 10M 50ppm 1% LR 136-139

2W 1R0 - 10M 200ppm 2% CFR 140-141
5W 1R0 - 100K 200ppm 5% RSSF 142-143
5W R10 - 560K 300ppm 2% ROX 144-145
7W 10R - 200K 300ppm 5% RSS 146
10W R05 - 3K3 300ppm 2% ES 147

0.25W Zero Ohm n/a 0.002Ω max ZR 148
0.5W 2R2 - 22M -600 to +400ppm 5% CBT 149
2W 3R3 - 390K -900 to +300ppm 10% CCR 150-151

0.2W 10R - 1M0 200ppm 2% SIL 152-153
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Key Features
■ Thick film resistors with a 

high power to size ratio,
ideally suited to industrial 
and general purpose use.
A range from 1 ohm to 10M 
and tolerances of 1% and 
5%. Also including zero 
ohm links.

■ Suitable for most
applications, including high 
frequency operation, owing
to the short lead structure 
and low capacitance.

■ Six Package Sizes

Type CRG Series

Precious metal terminations are screen

printed onto a ceramic base and fired.

The resistive element is screen printed

and fired and the passivation layer

added. Each resistor is trimmed to

tolerance by laser. The pre-scribed tile

is broken into strips, the end plating

is fired on and the strips broken

into individual components. Final

termination is made by electroplating.

Characteristics - 
Electrical

0402 0603 0805
Rated Power @ 70°C (W): 0.063 0.1 0.125
Resistance Range (Ohms) Min: 10 1 11 10 101 1 11 10 101 1 11

Max: 1M0 10 3M3 100 1M0 10 10M 100 1M0 10 10M
Tolerance (%): 1 5 5 1 1 5 5 1 1 5 5
Code Letter: F J J F F J J F F J J
Selection Series: E24 E24 E24 E24 E24 E24 E24 E24 E24 E24 E24

E96 E96
Temperature Coefficient (ppm/°C): ±100 ±400 ±200 ±200 ±100 ±400 ±200 ±200 ±100 ±400 ±200

Dimensions

Style L W t a b
0402 1.0 ±0.1 0.5 ±0.05 0.35 ±0.05 0.2 ±0.1 0.25 ±0.1
0603 1.6 ±0.1 0.8 ±0.15 0.45 ±0.1 0.3 ±0.2 0.3 ±0.1
0805 2.0 ±0.15 1.25 ±0.15 0.55 ±0.1 0.4 ±0.2 0.4 ±0.2
1206 3.1 ±0.15 1.55 ±0.15 0.55 ±0.1 0.45 ±0.2 0.45 ±0.2
2010 5.0 ±0.1 2.5 ±0.15 0.55 ±0.1 0.6 ±0.25 0.5 ±0.2
2512 6.35 ±0.1 3.2 ±0.15 0.55 ±0.1 0.6 ±0.25 0.5 ±0.2

1206 2010 2512
Rated Power @ 70°C (W): 0.25 0.5 1
Resistance Range (Ohms) Min: 10 101 1 11 10 101 1 11 10 101 1 11

Max: 100 1M0 10 10M 100 1M0 10 10M 100 1M0 10 10M
Tolerance (%): 1 1 5 5 1 1 5 5 1 1 5 5
Code Letter: F F J J F F J J F F J J
Selection Series: E24 E24 E24 E24 E24 E24 E24 E24 E24 E24 E24 E24

E96 E96 E96
Temperature Coefficient (ppm/°C): ±200 ±100 ±400 ±200 ±200 ±100 ±400 ±200 ±200 ±100 ±400 ±200

0402 0603 0805 1206 2010 2512
Working Voltage (V): 50 50 150 200 200 200
Maximum Overload Voltage (V): 50 100 300 400 400 400
Operating Temperature Range (°C): -55 to +125
Climatic Category (°C): 55/125/56
Insulation Resistance Dry Min: 1000
(Mohms)
Stability (%): 3
Surface Temp. Rise (°C/W) Max: 480 300 280 190 100 65
Zerohm (A)        Current Max: 1 1 2 2 2 2

Resistance Max: <20 mohm

La

W

t

b
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General Purpose Resistors

Performance Characteristics
The evaluation of the performance characteristics is carried out with reference to IECQ
specifications QC 400 000 and QC 400 100.

Storage
Unopened reels should be stored within a temperature range of +5 °C to +25 °C, separated from any dust, chemicals and
solvent based materials. Non-adherence to this procedure could effect the solderability of this product.

TEST REF Long Term Tests ±(3% + 0.1 ohm)
4.23 Climatic sequence
4.24 Damp heat, steady state
4.25.1 Endurance at 70 °C
4.25.3 Endurance at 125 °C
TEST REF Short Term Tests ±(1% + 0.05 ohm)
4.13 Overload
4.32 Adhesion
4.33 Bond strength of end face plating
4.19 Rapid change of temperature
4.18 Resistance to soldering heat

Mounting
The resistors are suitable for processing on automatic insertion equipment.

Marking
CRG0805, CRG1206, CRG2010, CRG2512
E24 series resistors are marked with a three digit code.
E96 series resistors are marked with a four digit code.
Zerohm components are marked '0'.

CRG0603
E24 5% series are marked with a three digit code.
E24 1% series are marked with a three digit code.
E96 series are marked with the international alphanumeric three character code (available on request).
EXCEPT 10, 11, 13, 15, 20 & 75 decades which are marked as the E24 series.

CRG0402 series unmarked.

How to Order

CRG 0603 J 1K0

Common Part
0402
0603
0805
1206
2512

Size

F - ±1%

J - ±5%

Tolerance Resistance Value

CRG - Thick Film
Precision Chip Resistor

1 ohm
(1 ohm) 1R0

1K ohm
(1000 ohms) 1K

100K ohm
(100000 ohms) 100K

1M ohm
(1000000 ohms) 1M

Derating Curve
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Key Features
■ 1 Watt at 70°C

■ Small Size to Power Ratio

■ Supplied on Tape

■ Available via Distribution

■ Value Marked on Resistor

■ 400 Volt Maximum Overload

■ 200 Volt Working Voltage

■ Laboratory Kit Available

■ Low Profile

Type 3520 Series

Tyco Electronics Components is

pleased to introduce this low cost high

power device, suitable for auto

placement in volume, and for most

applications, including high frequency

operations, owing to the short lead

structure. It is attractively priced and

available on 7" reels of 4000 pieces.

Characteristics - 
Electrical

Power Rating: 1 Watt at 70°C**
Max. RCWV*: 200V
Max. Overload Voltage: 400V
Resistance Tolerance(%): ±5%
Resistance Range: 1R0 - 1M0
Temperature Coefficient: ±200ppm

±350ppm**(below 10R)
Resistance Grid Value: E-24

* Rated continuous working voltage (RCWV) shall be determined from

RCWV =   Rated Power x Resistance Value, or Maximum RCWV listed above, whichever is less

** Recommended Circuit Board Design - If this device is anticipated to run at full continuous power then action to
improve the cooling should be taken. This can be a metal substrate, copper pad left under the chip, an opening in 
the PCB or enlarged silver conductor pads each end.

Power Derating Curve

Dimensions
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For resistors operated in ambient temperatures above 70°C, power rating must be derated in accordance with this curve.

L W a b t
6.40 3.20 0.70 0.70 0.60
±0.20 ±0.20 ±0.10 ±0.20 ±0.10

How to Order

3520 1K0 J T

Common Part
1 ohm

1000 milli ohms
1R0

1K ohm
1000 ohms

1K0

1 Meg ohm
1000000 ohms

1M0

Resistance Value

J - 5%

Tolerance Pack Style

3520 T - 4000 / reel

Handling Recommendations

When flow soldering - the land width must be smaller than the Chip Resistor width to properly control the solder
application. Generally, the land width can be Chip Resistor width (W) x 0.7 to 0.8. When reflow soldering - solder
application amount can be adjusted. Thus the land width can be set to W x 1.0 to 1.3.

La

W
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General Purpose Resistors

Dimensions

Key Features
■ Values up to 100 Gig Ohms

■ Custom Designs Possible

■ Choice of Packages

■ Supplied on Reels of 1000

■ Wide Tolerances / TCRs

■ Available via Distribution

■ Power derates to zero
at 125°C

Type RH73 Series

The RH73 Series is a stable high value

chip resistor range offering various

power dissipation relating to chip size.

Tyco Elecronics Components is pleased

to offer this innovative range of chip

resistors up to 100 Gig. The RH73 series

is suitable for flow and reflow soldering.

It has a thick film resistor element and

three layers of terminal material to

ensure high reliability. It is attractively

priced and available on 7" reels with

1000 pieces per reel.

Characteristics -
Electrical

Power Rating T.C.R's Available per Resistance Value (ppm/°C)
Type @ 70°C 10M - 100M 100M1 - 1G0 1G1 - 10G 10G1 - 33G 33G1 - 100G

RH73 1E 0.050 W 100/250 500/1000 1000/2000 - -
RH73 1J 0.075 W 100/250 250/500 500/1000 1000/2000 -
RH73 2A 0.125 W 50/100 250/500 500/1000 1000/2000 2000/3000
RH73 2B 0.250 W 50/100 250/500 500/1000 1000/2000 2000/3000
RH73 2E 0.350 W 50/100 100/250 250/500 250/500 500/1000
RH73 3A 0.600 W 50/100 100/250 250/500 250/500 500/1000

Max. Working Tolerances Available per Resistance Value (%)
Type Voltage 10M - 100M 100M1 - 1G0 1G1 - 10G 10G1 - 33G 33G1 - 100G

RH73 1E 30V 5/10/20 5/10/20 10/20/30 - -
RH73 1J 75V 5/10/20 5/10/20 10/20/30 10/20/30 -
RH73 2A 100V 2/5/10/20 5/10/20 5/10/20 10/20/30 10/20/30
RH73 2B 200V 2/5/10/20 5/10/20 5/10/20 5/10/20 10/20/30
RH73 2E 300V 2/5/10/20 5/10/20 5/10/20 5/10/20 5/10/20
RH73 3A 1000V 2/5/10/20 5/10/20 5/10/20 5/10/20 5/10/20

Long Term Stability <100M <1G0 1G - 100G
Storage 125°C/1000Hrs: ∆R <0.15% ∆R <0.35% ∆R <0.35%
Maximum Voltage/1000Hrs: ∆R <0.35% ∆R <0.50% ∆R <0.50%

Temperature Range: -55°C to +125°C
Climatic Category: 55/125/56
Solderability: 235°C for 5 Seconds
Maximum Soldering Temp.: 260°C for 5 Seconds

Part Number L W C D
RH73 1E 1.04±0.05 0.50±0.05 0.10±0.05 0.30±0.05
RH73 1J 1.50 +0.15 0.80 +0.15 0.20 +0.10 0.40 +0.10

RH73 2A 2.00 +0.15 1.20 +0.20 0.30 +0.20 0.40 +0.10

RH73 2B 3.20 +0.15 1.50 +0.20 0.30 +0.20 0.40 +0.10

RH73 2E 3.20 +0.15 2.50 +0.20 0.80 ±0.20 0.50 +0.10

RH73 3A 6.30 +0.15 3.50 +0.20 0.80 ±0.20 0.60 +0.10

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

-0.05

RH73 H 2A 10M M TN

Common Part
G - 50ppm/°C

H - 100ppm/°C

U - 250ppm/°C

W - 500ppm/°C

X - 1000ppm/°C

Y - 2000ppm/°C

Z - 3000ppm/°C

Temp. Coefficient Package Size

RH73 -
Standard Part

1E - 04:02

1J - 06:03

*2A - 08:05

2B - 12:06

2E - 12:10

3A - 25:12

* - Standard Part

Resistor Value

G - 2%

J - 5%

K - 10%

M - 20%

N - 30%

Tolerance Packaging
1 Meg Ohm

(1000000 ohms)
1M0

10 Meg Ohm
(10000000 ohms)

10M

100 Meg Ohm
(100000000 ohms)

100M

1 Gig Ohm
(1000000000 ohms)

1G0

TN - 1000 Reel
(Plastic)

How to Order

If no requirements for TCR, VCR and Voltage are given, the standard values (higher values in table) will be supplied.
10V is used for measuring.

LC

W

D

C



Dimensions - 
Type MCNT Type MCNY Type MCNC

Schematic

A

C

F

B

D

n = 4.8

R1 R2 R3

E

A

C

F

B

A

C

F

B
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SMD Network Thick / Thin Film

Type MCN Series

Key Features
■ Concave and Convex

Terminal Style

■ Improved Placement 
Efficiency

■ Superior Solderability

■ Nickel Barrier Layer

■ Up to 8 Isolated Resistors 
(Thin Film)

■ Individually Value Marked

Type MCN Series

The MCN innovative chip resistor

network combines a series of inline

isolated 0603 resistors into one

package. Obvious savings in board

space and number of placements are

possible by specifying our 4 or 8

resistor packages. The package layer

design prevents tombstoning when

reflow soldering the chips. Supplied on

8mm tape. The 8 resistor pack is

suitable only to large volume applica-

tions and utilises thin film technology to

achieve the space network density.

Characteristics - 
Electrical

Number of Elements: 4 or 8 (x 06.03 size)
Power Rating: 0.063W per resistor (x 06.03 size)
Resistance Range: 10R - 1Meg ohm (E12 values)

(8 resistors 10R - 100R Thin Film)
Resistance Tolerance: ±1% ±2% ±5% * Stock is ±5%
Temperature Coefficient of Resistance: ± 250ppm/°C (Down to ± 50ppm/°C possible)
Max. Working Voltage: 50 volts (8 resistors 25 volts)
Operating Temperature Range: -55°C to +125°C
Maximum Rated Temperature: + 70°C

Samples Available Loose 4 Resistors 5000 on reel
8 Resistors 5000 on reel

Tape and Reel Pack

Model No. of Dimensions
Elements A B C D E F

MCNT4 4 0.5±0.15 3.2±0.2 0.8 1.6±0.20 0.6±0.1 0.3±0.15

MCNY4 4 0.5±0.15 3.2±0.2 0.8 1.6±0.20 0.5±0.1 0.3±0.15
MCNC4 4 0.5±0.10 3.2±0.3 0.8 1.6±0.20 0.4±0.1 0.3±0.20
MCNC8 8 0.3±0.10 4.0±0.2 0.5 1.6±0.15 0.4±0.1 0.3±0.20

MCNT4 16 103 F

Common Part

16:8 Resistor

8:4 Resistor

Element Type
The first two digits are
significant figures of

resistance value. The third
denotes the number of

zeros following.

e.g. 1K: 102
50K - 503
100K - 104

Resistance Value Tolerance

MCNT4 - 4 Resistors Concave

MCNY4 - 4 Resistors Convex

MCNY8 - 8 Resistors Convex

MCNC4 - 4 Resistors

MCNC8 - 8 Resistors

F ±1%

J ±5%*

* Standard

How to Order

N.B. Take care when using these resistors close to the specified power ratings at the heat generated by a network is greater
than that of equivalent individual chip resistors separately placed.
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General Purpose Resistors
Trimmable Chip Resistors

Type TCR Series

Characteristics - 
Electrical

0805 1206
Rated Power @ 70°C (W): 0.1 0.125
Resistance Range (Ohms)   Min: 1 10 1 10

Max: 9.1 4M7 9.1 4M7
Selection Series: E24
Tolerance (%): ±15 or 0/-30
Code Letter: L         P
Temperature Coefficient (ppm/°C): -200/+500 ± 200 -200/+500 ± 200
Operating Temperature Range (°C): -55 to +125
Climatic Category: 55/125/56
Limiting Element Voltage (V): 150 200
Insulation Resistance Dry Min (M ohms): 1000

Style L W H A D C d
0805 2.0 ± 0.1 1.25± 0.10 0.55 ± 0.1 0.71 ± 0.1 0.66 ± 0.1 0.4 ± 0.2 0.4± 0.2
1206 3.2 ± 0.15 1.6 ± 0.15 0.55 ± 0.1 0.95 ± 0.1 1.30 ± 0.1 0.5 ± 0.25 0.5± 0.25

Key Features
■ TCR chip resistors are

suitable for most
applications, including
high frequency operation, 
owing to the short lead
structure and low
capacitance.

■ The TCR series of chip
resistors is designed to
be used in circuits where
variable resistors might
otherwise be used.

■ The resistance film and the 
coating have been specified 
to permit YAG laser trimming.

■ Case sizes 0805 and 1206.

Type TCR Series

Precious metal terminations are screen

printed onto a ceramic base and fired.

The resistive element is screen printed

and fired and the passivation layer

added. The pre-scribed tile is broken

into strips, the end plating is fired on

and the strips broken into individual

components. Final termination is made

by electroplating.

Marking
TCR series resistors are not marked.

Power Derating Curve
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How to Order

TCR 0805 L 1K

Common Part

0805
1206

Size

L - 15%

P - 0/-30%

Tolerance Resistance Value

TCR - Trimmable Chip
Resistor

1 ohm
(1 ohm) 1R0

1K ohm
(1000 ohms) 1K

100K ohm
(100000 ohms) 100K

1M ohm
(1000000 ohms) 1M
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Metal Film Fixed Resistors

Type LR Series

L

d
D

Key Features
■ Superior quality metal film 

resistors with 1% tolerance 
and temperature coefficients 
down to 50 ppm. 3 case sizes 
are available in 0.25, 0.6, 
0.75W. The LR1L series is a 
low ohmic value range from 
0.1 to 0.82 ohm. Ideally
suited where low resistance 
and small size are required.

■ Metal film resistors have 
excellent stability under load 
and severe environmental 
conditions. They exhibit very 
low noise current and voltage 
coefficients. They are
available in a wide range
of resistance values and are 
suitable for general purpose 
and precision applications.

Type LR Series

The resistive element comprises a thin

film of nickel-chrome alloy evaporated

onto a high thermal conductivity

ceramic element. Metal end caps are

force fitted to the element prior to

spiralling to value. Tinned copper lead

wires are welded to the end caps and

the components are then coated. One

coat of phenolic resin is followed by

three coats of epoxy resin. All resistors

are tested for value and tolerance.

Characteristics - 
Electrical

Dimensions

Style L* D d Nom l
LR0204 3.2 ± 0.2 1.7 ± 0.2 0.45 25
LR1L 6.2 ± 0.5 2.3 ± 0.2 0.55 25
LR1 6.2 ± 0.5 2.3 ± 0.2 0.55 25
LR2 9.7 ± 0.3 3.5 ± 0.2 0.7 25

LR100 12.0 ± 1.0 5.5 ± 0.5 0.8 25
LR200 16.0 ± 1.0 6.5 ± 0.5 0.8 29

* Length is measured in accordance with IEC 294.

Power Derating Curve
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LR0204 LR1L LR1 LR2 LR100 LR200
Rated Power @ 70°C (W) 0.25 0.5 0.6 0.75 1 2
Resistance Range (Ohms) Min 1R0 10R R10 1R0 10R 1M1 1R0 10R 10R

Max 9R1 1M0 R82 9R1 1M0 10M 1M0 1M0 1M0
Tolerance (%) 1 1 5 1      2 1      2 1      5 1      2 1      5 1      5
Code Letter F F J F      G F      G F      J F      G F      J F      J
Temperature Coefficient (ppm/°C) ± 100 ± 100 ± 200 ± 100 ± 50 ± 100 ± 100 25/50/10025/50/100
Selection Series E24 E24 E12 E24 E24 E24 E24 E24 E24
On Request E96 E96 E96 E96 E96
Limiting Element Voltage 200 350 350 350 500 500
Max Permitted Element Voltage 200 350 350 350 500 500
Max Overload Voltage 400 500 700 700 1000 1000
Max Intermittent Overload Voltage 500 750 750 750 1000 1000
Operating Temperature Range (°C) -55 to +155
Climatic Category 55/155/56
Dielectric Strength (V) 500 700 700 700 700 700
Insulation Resistance 1000Min Dry (Mohms)
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General Purpose Resistors
Metal Film Fixed Resistors

Type LR Series (continued)

Performance Characteristics
The evaluation of the performance characteristics is carried out with reference to IEC
Specifications QC 400 000 and QC 400 100.

TEST REF Long Term Tests ±(1% + 0.05 ohm)
4.23 Climatic sequence
4.24 Damp heat, steady state
4.25.1 Endurance at 70°C
4.25.3 Endurance at 125°C
TEST REF Short Term Tests ±(0.25% + 0.05 ohm)
4.13 Overload
4.16 Robustness of terminations
4.18 Resistance to soldering heat
4.19 Rapid change of temperature
4.22 Vibration

* For LR1L the limits are ± (5% + 0.1 ohm) and ± (1% + 0.05 ohm) respectively.
All resistance values are measured at a distance of 12mm from the end cap.

Mounting
The resistors are suitable for processing on automatic insertion equipment and cutting and bending machines.

Marking
The resistors are marked with a colour band code in accordance with JIS C 0802.

Packaging
LR0204, LR1L and LR1 resistors are normally supplied taped in 'ammo' boxes of 4000 pieces. LR2 resistors are normally
supplied taped in 'ammo' boxes of 1000 pieces.  
Other package styles on request.
All tape specifications are in accordance with IEC 286-1.

Surface Temperature Rise Vs Load

0    0 0.2 0.25 0.4 0.6 0.75

100

80

60

40

20

0

Te
m

pe
ra

tu
re

 R
is

e 
ab

ov
e 

Am
bi

en
t (

°C
)

Power Dissipation (W)

LR0204

LR1L
LR1 LR2

How to Order

LR 1 F 100R

Common Part
0204 - 0.25W

1L - 0.5W

1 - 0.6W

2 - 0.75W

100 - 1W

200 - 2W

Style

J - 5%

G - 2%

F - 1%

Tolerance Value

LR - Metal Film
Fixed Resistor

100 ohm
(100 ohms) 100R

1K0
(1000 ohms) 1K0

100 K ohm
(100,000 ohms) 100K
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Metal Film Fixed Resistors Laboratory Kits

Type LR Series Laboratory Kit

Key Features
■ Superior quality metal film 

resistors with 1% tolerance
and temperature coefficients
down to 50 ppm. 3 case sizes
are available in 0.25, 0.6,
0.75W. The LR1L series is a
low ohmic value range from
0.1 to 0.82 ohm. Ideally
suited where low resistance
and small size are required.

■ Metal film resistors have
excellent stability under load
and severe environmental
conditions. They exhibit very
low noise current and voltage
coefficients. They are
available in a wide range
of resistance values and are
suitable for general purpose
and precision applications.

■ For full Technical 
Specification, refer to
LR Series Datasheet
(Literature No. 1773241)

The resistive element comprises a thin

film of nickel-chrome alloy evaporated

onto a high thermal conductivity

ceramic element. Metal end caps are

force fitted to the element prior to

spiralling to value. Tinned copper lead

wires are welded to the end caps and

the components are then coated. One

coat of phenolic resin is followed by

three coats of epoxy resin. All resistors

are tested for value and tolerance.

Type LR Series
Laboratory Kit

Laboratory Kit Contents - 
LR1L

Value
R10
R15

Value
R22
R33

Value
R47
R56

Value
R68

Laboratory Kit Contents - 
LR0204

Value
*0R0
10R
11R
12R
13R
15R
16R
18R
20R
22R
24R
27R
30R
33R
36R
39R
43R
47R
51R
56R
62R
68R
75R
82R
91R

Value

100R
110R
120R
130R
150R
160R
180R
200R
220R
240R
270R
300R
330R
360R
390R
430R
470R
510R
560R
620R
680R
750R
820R
910R

Value

1K0
1K1
1K2
1K3
1K5
1K6
1K8
2K0
2K2
2K4
2K7
3K0
3K3
3K6
3K9
4K3
4K7
5K1
5K6
6K2
6K8
7K5
8K2
9K1

Value

10K
11K
12K
13K
15K
16K
18K
20K
22K
24K
27K
30K
33K 
36K 
39K 
43K 
47K 
51K 
56K 
62K 
68K 
75K 
82K 
91K

Value

100K
110K
120K
130K
150K
160K
180K
200K
220K
240K
270K
300K
330K
360K
390K
430K
470K
510K
560K
620K
680K
750K
820K
910K
1M0

LR1
Value
*0R0
1R0
1R1
1R2
1R3
1R5
1R6
1R8
2R0
2R2
2R4
2R7
3R0
3R3
3R6
3R9
4R3
4R7
5R1
5R6
6R2
6R8
7R5
8R2
9R1

Value

10R 
11R
12R
13R 
15R
16R
18R
20R
22R
24R
27R 
30R
33R 
36R
39R 
43R
47R
51R
56R
62R
68R 
75R
82R 
91R

Value

100R
110R 
120R
130R 
150R 
160R 
180R 
200R
220R
240R
270R 
300R
330R
360R
390R 
430R 
470R 
510R
560R 
620R 
680R
750R 
820R
910R

Value

1K0
1K1
1K2
1K3
1K5
1K6
1K8
2K0
2K2
2K4
2K7
3K0
3K3
3K6
3K9
4K3
4K7
5K1
5K6
6K2
6K8
7K5
8K2
9K1

Value

10K
11K
12K
13K
15K
16K
18K
20K
22K
24K
27K
30K
33K
36K
39K
43K
47K
51K
56K
62K
68K
75K
82K
91K

Value

100K
110K
120K
130K
150K
160K
180K
200K
220K
240K
270K
300K
330K
360K
390K
430K
470K
510K
560K
620K
680K
750K
820K
910K
1M0

* Zerohm value (0R0) is supplied as ZR0204
Each Kit contains 20 pieces of each value listed above

* Zerohm value (0R0) is supplied as ZR0207
Each Kit contains 20 pieces of each value listed above
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General Purpose Resistors
Metal Film Fixed Resistors Laboratory Kits

Type LR Series Laboratory Kit (continued)

How to Order

Resistor Kit LR0204

Common Part

LR0204

LR1

LR2

Style

Resistor Kit -
Laboratory Kit

Laboratory Kit Contents (continued) -
LR2

Value
*0R0
10R
11R  
12R  
13R  
15R  
16R  
18R  
20R  
22R  
24R  
27R  
30R  
33R  
36R  
39R  
43R  
47R  
51R  
56R  
62R  
68R  
75R  
82R  
91R 

Value

100R 
110R  
120R  
130R  
150R  
160R  
180R  
200R  
220R  
240R  
270R  
300R  
330R  
360R  
390R  
430R  
470R  
510R  
560R  
620R  
680R  
750R  
820R  
910R 

Value

1K0  
1K1  
1K2 
1K3  
1K5  
1K6  
1K8  
2K0  
2K2  
2K4  
2K7  
3K0  
3K3  
3K6  
3K9  
4K3  
4K7  
5K1  
5K6  
6K2  
6K8  
7K5  
8K2  
9K1 

Value

10K  
11K  
12K  
13K  
15K 
16K  
18K  
20K  
22K  
24K  
27K  
30K  
33K  
36K  
39K  
43K  
47K  
51K  
56K  
62K  
68K  
75K  
82K  
91K 

Value

100K 
110K 
120K 
130K 
150K 
160K 
180K 
200K 
220K 
240K 
270K 
300K 
330K 
360K 
390K 
430K 
470K 
510K 
560K 
620K 
680K 
750K 
820K 
910K 
1M0

L

d
D

Dimensions

Style L* D d Nom l
LR0204 3.2 ± 0.2 1.7 ± 0.2 0.45 25
LR1L 6.2 ± 0.5 2.3 ± 0.2 0.55 25
LR1 6.2 ± 0.5 2.3 ± 0.2 0.55 25
LR2 9.7 ± 0.3 3.5 ± 0.2 0.7 25

* Length is measured in accordance with IEC 294.

* Zerohm value (0R0) is supplied as ZR0207
Each Kit contains 20 pieces of each value listed above



Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

140

Carbon Film Fixed Resistors

Type CFR Series

L

d
D

Key Features
■ Low cost, combined with

high reliability, make these
components suitable for use 
in most types of circuits,
including audio, communica-
tions, measurement and
computer applications.

■ Premium quality carbon film 
resistors whose ceramic core 
has a high alumina content 
offering power to size ratios 
not normally associated with 
carbon film product.

■ Available in 5 power ratings 
from 1 ohm to 10 Mohm. The 
smallest case size (CFR16) 
has a full 0.25 W power
rating.

Type CFR Series

The resistive element comprises a thin

film of carbon, deposited onto a high

thermal conductivity ceramic core.

Metal end caps are force fitted to the

element prior to spiralling to value.

Tinned copper lead wires are welded

to the end caps and the components

are then coated. One coat of phenolic

resin is followed by three coats of

epoxy resin. All resistors are tested for

value and tolerance.

Characteristics - 
Electrical

CFR16 CFR25 CFR50 CFR100 CFR200
Rated Power @ 70°C (W): 0.25 0.33 0.5 1 2
Resistance Range (Ohms)   Min: 1R0 1R0 1R0 1R0 1R0

Max: 4M7 10M 10M 10M 10M
Tolerance (%): 2                   5
Code Letter: G                   J
Temperature Coefficient  (ppm/°C) R<10: 0 to +200 0 to +200 0 to +200 0 to +350 0 to +350

R>10: 0 to -1200 0 to -1200 0 to -1200 -100 to -500 -100 to -500
Selection Series: E24
Limiting Element Voltage (V): 200 250 350 500 500
Max Overload Voltage1 (V): 400 500 700 1000 1000
Max Intermittent Overload Voltage2 (V): 500 700 750 750 750
Operating Temperature Range (°C): -55 to +155
Climatic Category (°C): 55/155/56
Dielectric Strength (V): 400 500 700 1000 1000
Insulation Resistance (Mohms): 1000

1Maximum Overload Voltage is 2.5 times rated voltage up to the specified voltage for 5 seconds.
2Maximum Intermittent Overload Voltage is 4 times rated voltage up to the specified voltage for 1 second ON and 25 seconds OFF. >100R ONLY

Derating Curve

Dimensions

Style L* max. D max. d ±0.05 I 
CFR16 3.5 1.85 0.45 28 ± 3
CFR25 6.8 2.5 0.54 28 ± 3
CFR50 9.0 3.0 0.54 28 ± 3
CFR100 12.0 5.0 0.70 28 ± 3
CFR200 16.0 5.5 0.70 28 ± 3

* Length is measured in accordance with IEC 294
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General Purpose Resistors
Carbon Film Fixed Resistors

Type CFR Series (continued)

Surface Temperature Rise vs Load
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Mounting
The resistors are suitable for processing on automatic insertion equipment and cutting and bending machines.

Marking
The resistors are marked with a four colour band code in accordance with IEC 62.

Packaging
Carbon film resistors are normally supplied taped in 'ammo' boxes. Other styles may be supplied on request.
All tape specifications are in accordance with IEC 286-1.

Performance Characteristics
The evaluation of the performance characteristics is carried out with reference to IECQ specifications QC 400 000 and
QC 400 100.

Type Box Std. Tape Component
Quantity Spacing Spacing

CFR16 5000 52 5
CFR25 4000 52 5
CFR50 3000 52 5
CFR100 1000 64 10
CFR200 500 64 10

TEST REF Long Term Tests ±(5% + 0.1 ohm)
4.23 Climatic sequence
4.24 Damp heat, steady state
4.25.1 Endurance at 70°C
4.25.3 Endurance at 155°C
TEST REF Short Term Tests ±(1% + 0.05 ohm)
4.13 Overload
4.16 Robustness of terminations
4.18 Resistance to soldering heat
4.19 Rapid change of temperature
4.22 Vibration

How to Order

CFR 16 J 100R

Common Part

16 - 0.25 Watts

25 - 0.33 Watts

50 - 0.5 Watts

100 - 1.0 Watts

200 - 2.0 Watts

Size

G - 2%

J - 5%

Tolerance Value

CFR - Carbon Film
Fixed Resistor

1 ohm
(1 ohm) 1R0

1K ohm
(1000 ohms) 1K

100K ohm
(100000 ohms) 100K

1M ohm
(1000000 ohms) 1M
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Key Features
■ High Power with Small Size 

for Space Saving

■ Excellent Long Term Stability

■ Complete Flameproof 
Construction

■ High Surge/Overload 
Capability

■ Controlled Temperature 
Capability

■ Solvent Resistant Coat
and Code

Type RSSF Series

The resistive element comprises a

metal oxide film deposited on a

ceramic former. The element is

protected by a flameproof coating

which will withstand overload

conditions without flame or mechanical

damage. They are recommended for

use in applications such as line

protection, automotive. TV’s, switch

mode power supplies, etc…

Characteristics - 
Electrical

RSSF 3 RSSF 5
Rated Power @ 70°C (W): 3 5
Resistance Range (ohms): 1R0 – 9R1 10R – 100K 1R0 – 9R1 10R – 100K
Tolerance (%): 10 5 10 5
Code Letter: K J K J
Temperature Coefficient Max (ppm/°C): ± 200
Selection Series: E24
Limiting Element Voltage (V): 500 500
Maximum Overload Voltage (V): 800 1000
Max Intermittent Overload Voltage (V): 1000 1500
Operating Temperature Range (°C): -55 to +155
Climatic Category: 55/155/56
Dielectric Strength (V): 1000

18 D

5

1.54.515

H

W

Point B

Point A

Marking
The resistors are marked alpha numerically with the type, value and tolerance.

Packaging
The RSSF Series resistors are packed loose in box quantities of 500 with an MOQ 1000.

Style D ±1.5 W ±1.5 H +3.0/-0
RSSF 3 7.5 7.5 15

RSSF 5-15 7.5 7.5 15
RSSF 5-25 7.5 7.5 25

Points A & B define temperature rise measurement points
See graphs on next page

Power Derating Curve
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Flame-Proof Power Metal Oxide Film Resistors

Type RSSF Series (continued)
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General Purpose Resistors

Temperature Rise
RSSF3 1K0

Temperature Rise
RSSF5 1K0

Pulse Handling Capability
RSSF 5W 1R8 5%
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How to Order

RSSF 3 J 100R

Common Part

3 - 3 Watts

5 - 5 Watts

Power Rating

J - 5%

K - 10%

Tolerance Resistance Value

RSSF- Flame-Proof
Power Metal Oxide

Film Resistors

100 ohm
(100 ohms) 100R

1K0
(1000 ohms) 1K0

100K ohm
(100,000 ohms) 100K
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Flame-Proof Power Metal Oxide Film Resistors

Type ROX Series

Key Features
■ High Power with Small Size 

for Space Saving

■ Excellent Long Term Stability

■ Complete Flameproof 
Construction

■ High Surge/Overload 
Capability

■ Controlled Temperature 
Capability

■ Solvent Resistant Coat and 
Code

■ Special Lead Formations 
Possible

Type ROX Series

The resistive element comprises a

metal oxide film deposited on a

ceramic former. The element is

protected by a flameproof coating

which will withstand overload

conditions without flame or mechanical

damage. They are recommended for

use in applications such as line

protection etc…

Characteristics - 
Electrical

ROXO5 ROX1 ROX2 ROXO5S ROX1SS ROX1S ROX2S ROX3S ROX5S
Rated Power @ 70°C (W): 0.5 1 2 0.5 1 1 2 3 5
Resistance Range (ohms) Min: 0.1 0.1 0.1 0.1 0.1 0.1 0.1 0.1 0.1

Max: 330K 470K 560K 100K 200R 270K 470K 560K 560K
Tolerance (%): 2                         5
Code Letter: G                        J
Temperature Coefficient Max (ppm/°C): ± 300
Selection Series: E24
Limiting Element Voltage (V): 250 350 350 250 350 350 350 350 500
Maximum Overload Voltage (V): 400 600 600 400 400 600 600 600 800
Max Intermittent Overload Voltage (V): 500 750 750 500 500 750 750 750 1500
Operating Temperature Range (°C): -55 to +235
Climatic Category: 55/235/56
Dielectric Strength (V): 250 350 350 250 350 350 350 350 500
Insulation Resistance (Mohms): 1,000

Standard Range Leaded Standard Range Pre-formed

"S" Range Leaded "S" Range Pre-formed

Style L ±1 D d nom l min
ROXO5 9 3 ±0.5 0.7 25
ROX1 11 4 ±0.5 0.7 25
ROX2 16 6 ±1 0.8 35

Style P1 ±0.5 P2 ±2 H1 H2 h max
ROXO5 12.5 12.5 7.5 ±1.5 3.5 ±1 2.0
ROX1 15 15 7.5 ±1.5 3.5 ±1 2.0
ROX2 20 20 7.5 ±2.0 3.5 ±1 3.0

Style P1 ±0.5 P2 ±2 H1 H2 h max
ROXO5S 10 10 7.5 ±1.5 3.5 ±1 2.0
ROX1SS 10 10 7.5 ±1.5 3.5 ±1 2.0
ROX1S 12.5 12.5 7.5 ±0.5 3.5 ±1 2.0
ROX2S 15 15 7.5 ±1.5 3.5 ±1 2.9
ROX3S 20 20 7.5 ±2.0 3.5 ±1 3.0
ROX5S 30 30 7.5 ±2.0 3.5 ±1 3.0

Style L ±1 D ±0.5 d nom l min
ROX05S 6.5 2.3 0.6 25
ROX1SS 6.5 2.3 0.6 25
ROX1S 9 3 0.7 25
ROX2S 11 4 0.8 25
ROX3S 15 5.5 0.8 35
ROX5S 25 ±2 8.5 ±1 0.8 35

L

d
D

Dimension “l” refers to loose
packaged product only

Mounting
The resistors are suitable for processing on automatic insertion equipment and cutting and bending machines.

Marking
The resistors are marked with a four-band colour code in accordance with IEC 62.

Dimensions
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General Purpose Resistors
Flame-Proof Power Metal Oxide Film Resistors

Type ROX Series (continued)

Performance Characteristics
The evaluation of the performance characteristics is carried out with reference to IEC
Specifications QC 400 000 and QC 400 100.

TEST REF Long Term Tests ± (5% + 0.1 ohm)
4.23 Climatic sequence
4.24 Damp heat, steady state
4.25.1 Endurance at 70°C
4.25.3 Endurance at 235°C
TEST REF Short Term Tests ± (1% + 0.05 ohm)
4.13 Overload
4.16 Robustness of terminations
4.18 Resistance to soldering heat
4.19 Rapid change of temperature
4.22 Vibration

Packaging

New Style Quantity per Std tape Component
Reference Ammo Pack Spacing Spacing

ROX05 2,000 52 5
ROX1 1,000 52 5
ROX2 1,000 63 10

ROX05S 2,000 52 5
ROX1SS 2,000 52 5
ROX1S 2,000 52 5
ROX2S 1,000 52 5
ROX3S 1,000 63 10
ROX5S 500 63 10

* Other tape spacings available on request
Other packaging styles are available on request

Power Derating Curve
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How to Order

ROX 1 J 100R

Common Part

1 - 1S

2 - 2S

3 - 3S

Style

J - 5%

Tolerance Value

ROX - Flame-Proof
Power Metal Oxide

Film Resistor

100 ohm
(100 ohms) 100R

1K0
(1000 ohms) 1K0

100 K ohm
(100,000 ohms) 100K
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High Voltage Resistors

Type RSS Series

L

d
D

Key Features
■ High Power with Small Size 

for Space Saving

■ Excellent Long Term Stability

■ Complete Flameproof 
Construction

■ High Surge/Overload 
Capability

■ Controlled Temperature 
Capability

■ Solvent Resistant Coat
and Code

■ Special Lead Formations 
Possible

Type RSS Series

Miniature Power Oxide Resistors offer

excellent performance in applications

where stability and uniformity of

characteristics are required. They

provide smaller size for PC board

application with high performance and

precision to replace some wire-wound

resistors and other high power

resistors. Miniature metal oxide

resistors withstand solvents test in

accordance with MIL-STD-202E

without producing mechanical or

electrical damage.

Dimensions

Characteristics -
Electrical

RSS-1/2W RSS-1W RSS-2W RSS-3W RSS-5W RSS-7W
Power Rating at 70°C: 1/2W 1W 2W 3W 5W 7W
Maximum Working Voltage: 250V 350V 350V 350V 500V 750V
Maximum Overload Voltage: 600V 600V 600V 800V 1000V 400V
Resistance Range*: 10R-33K 10R-50K 10R-50K 10R-56K 10R-100K 10R-200K
* Wider Values to Order

Short Time Overload: 2.5 times rated voltage for 5 seconds
Temperature Range: -55°C to +155°C
Temperature Coefficient: ±300 ppm

Style D-mm L-mm l-mm D-mm
RSS-1/2W 2.6±0.5 6.8±1.0 30±3 0.60±0.05
RSS-1W 3.5±0.5 9.0±1.0 30±3 0.65±0.05
RSS-2W 4.5±0.5 11.0±1.0 30±3 0.80±0.05
RSS-3W 5.0±0.5 15.0±1.0 30±3 0.80±0.05
RSS-5W 8.5±0.5 24.0±1.0 38±3 0.80±0.05
RSS-7W 8.5±0.5 41.0±1.0 38±3 0.80±0.05

How to Order

RSS 2W 100R J TB

Common Part

See Above Table

Wattage at 70°C

100 ohm
(100 ohms) 100R

1K0 ohm
(1000 ohms) 1K0

100K ohm
(100,000 ohms) 100K

Resistance Value Tolerance

RSS - Standard Part J - 5%

Packaging

TB - Ammo packed
box

TR - Tape and Reel

Power Derating Curve
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General Purpose Resistors
High Power Resistors

Type ES Series

Key Features
■ High Power to Size Ratio

■ Entirely Welded Construction

■ 0.5 Watt to 10 Watt Sizes

■ Insulation Resistance 
>1000M

■ Completely Flameproof

■ Temperature Coefficient
300 ppm

■ All Product Bandoliered

Type ES Series

The ES is a new wirewound resistor

from Tyco Electronics Components

manufactured to stringent quality control

requirements and is an economy sister

to the well known Tyco Electronics ER

resistor Series. Whilst very slightly larger

than the ER resistor and manufactured to

a marginally different specification,

the ES resistor is suited to volume

requirements in power supplies, process

control instruments, communication

equipment, and other industrial

positions. In addition to the ES resistor

we offer the practability of a wirewound

resistor down to 9.0mm. x 3.00 mm.,

body size.

Characteristics - 
Electrical

Resistance Values: R10 - 3K3
(Other values by agreement/see wattage table below)

Selection Tolerance: ± 5 % (Other tolerances by agreement)
Rated Dissipation @ 20°C: See Table Below
Dielectric Strength: 500V AC
Insulation Resistance: 1000 M
Short Term Overload Power: 5 times overload 5 seconds
Terminal Strength: 5lb pull Test
Solderability: Meets MIL - STD - 202
Maximum Operating Temperature: 200°C
Temperature Coefficient of Resistance: ± 300ppm°C

L

d
D

Dimensions

Type ES Dimensions Resistance Dielectric
@ 20°C Range Withstand

D±1.0 L±1.5 l±3.0 d±0.05 Voltage
1/2W 3.0 9.0 30.0 0.65 R05-68R 350V
1W 4.0 9.0 30.0 0.65 R05-100R 500V
2W 5.0 11.0 30.0 0.80 R05-150R 500V
3W 5.5 13.0 38.0 0.80 R05-200R 500V

3WY 6.0 17.0 38.0 0.80 201R-470R 500V
5W 6.5 20.0 38.0 0.80 R10-390R 500V
6W 8.5 25.0 38.0 0.80 R10-1K0 500V
7W 8.5 32.0 38.0 0.80 R10-1K5 500V
8W 8.5 41.0 38.0 0.80 R10-2K2 800V
10W 8.5 53.0 33.0 0.80 R10-3K3 1000V

Resistance Value Marking Surface Temperature Vs Power

How to Order

ES2W R10 J

Common Part

0.1 ohm
(100 milliohms) R10

1 ohm
(1000 milliohms) 1R0

1K ohm
(1000 ohms) 1K0

Resistance Value Tolerance
ES05W - 1/2W ES1W - 1W

ES2W - 2W ES3W - 3W

ES3WY - 3W ES5W - 5W

ES6W - 6W ES7W - 7W

ES8W - 8W ES10W - 10W

J - ±5%
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Zerohm Links

Type ZR Series

L

d
D

25 min

Style L* D d (nom)
ZR0204 3.3 ± 0.4 1.8 ± 0.3 0.45
ZR0207 5.6 ± 0.3 2.3 ± 0.2 0.54

* Length is measured in accordance with IEC 294.

Key Features
■ Suited to Automatic Insertion

■ Withstand to 500 Volts

■ Maximum Resistance
0.002 ohm

■ Available in Two Case Sizes

Type ZR Series

The Tyco Electronics Components

Series of Zerohm links are available in

two standard case sizes and are

manufactured by welding tinned

copper wire leads directly onto steel

slugs.  No end caps are used in the

production of these devices. This

manufacturing process allows for a

maximum resistance of 0.002 ohms.

The slugs are then finished by applying

three coats of light brown epoxy resin.

Characteristics - 
Electrical

ZR0204 ZR0207
Current Carrying Capacity: Fusing rating of copper wire leads
Resistance Max: 0.002 Ohms
Operating Temperature Range: -55°C to +125°C
Climatic Category: 55/155/56
Dielectric Strength: 500 Volts
Insulation Resistance Minimum Dry: 10G Ohms

Dimensions

Marking
ZR0204 Zerohm Links are marked with a single narrow black band at the centre of the body.

ZR0207 Zerohm Links are marked with a single wide yellow band at the centre of the body.

Mounting
The resistors are suitable for processing on automatic insertion equipment and cutting and bending machines.

Packaging
ZR0204 Zerohm Links are axially taped and packed in boxes of 5000.

ZR0207 Zerohm Links are axially taped and packed in boxes of 4000.

How to Order

ZR 0204

Common Part

0204

0207

Size

ZR - Zerohm Links
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General Purpose Resistors
Carbon Composition Resistors

Type CBT Series

L

d
D

Key Features
■ Designed for Pulse Withstand

■ Range of Resistance 
Tolerances

■ Solid Carbon Composition

■ Low Cost, High Performance

■ Two Sizes Available

■ Wide Range of Resistance 
Values

■ Supplied Ammo Pack in 
boxes of 2000

Type CBT Series

The CBT series of resistors is

constructed utilising solid carbon

composition, which is the traditional

medium for absorbing high energy

pulses, in cases of high inrush current.

These resistors have evolved over

many years to have excellent pulse

withstand capabilities, whilst remaining

very stable. These improved

characteristics have been achieved by

prudent selection of materials of

optimum physical properties and

by advances in the manufacturing

process.

Characteristics - 
Electrical

Environmental

Operating Temperature Range: -55°C to +125°C
Temperature Cycles: ∆R/R ± 2%
(-55°C to +125°C, 5 cycles)
Load Life (1000 hours at 70°C): ∆R/R ± 10%
Resistance to Solder Heat: ∆R/R ± 3%
(350°C for 3 seconds)
Short Time Overload: ∆R/R ± 2%
(2.5 x Rated Power for 5 seconds)
Humidity (40°C, 95%RH, 240 hrs): ∆R/R ± 3%

CBT25 CBT50
Power at 70°C Ambient: 0.25 Watts Derating to 0 at +125°C 0.5 Watts Derating to 0 at +125°C
Maximum Voltage: 250 Volts 350 Volts
Resistance Range: 1R0 - 5M6 1R0 - 22M
Resistance Values: 5% E24 Series   10% E12 Series   20% E6 Series
Voltage Coefficient: ± 0.035%/V ± 0.035%/V
Limiting Element Voltage: 250 Volts 350 Volts
Maximum Overload Voltage: 400 Volts 700 Volts
Insulation Resistance: 1000 M minimum

Dimensions-

Style L D l d
CBT25 6.3 ± 0.7 2.4 ± 0.1 27 min. 0.6
CBT50 9.5±0.8 3.6±0.2 25 min. 0.7

Pulse Withstand Characteristics
Charging and Discharging a 2000 pF Capacitor for 100 Cycles
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b: 33kΩ
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CBT50
a: 1.2MΩ
b: 10kΩ
c: 1kΩ

How to Order

CBT 25 J 10K

Common Part

25 - 0.25W

50 - 0.5W

Size

J - ±5%

K - ±10%

M - ±20%

Tolerance Resistance Value

Carbon Composition
Resistor

1 ohm
(1 ohm) 1R0

1K ohm
(1000 ohms) 1K

100K ohm
(100000 ohms) 100K

1M ohm
(1000000 ohms) 1M
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Ceramic Composition Resistors

Type CCR Series

L

d
D

Key Features
■ Designed for Pulse Withstand

■ Range of Resistance 
Tolerances

■ Solid Ceramic Composition

■ Low Cost, High Performance

■ Two Sizes Available

■ Wide Range of Resistance 
Values

■ Available on Tape

Type CCR Series

The CCR series of resistors is

constructed utilising solid ceramic

composition, which is the traditional

medium for absorbing high energy

pulses, in cases of high inrush current.

These resistors have evolved over

many years to have excellent pulse

withstand capabilities, whilst remaining

very stable. These improved character-

istics have been achieved by prudent

selection of materials of optimum

physical properties and by advances in

the manufacturing process. The CCR

series are idea for circuitry

associated performance in high

voltage power supplies, R-C snubber

circuits, and  inrush limiters.

Characteristics - 
Electrical

Power at 70°C Ambient: 0.5 Watt. 1.0 Watt. 2.0 Watt.
Derating: Derating to 0 at 200°C Derating to 0 at 200°C Derating to 0 at 200°C
Resistance Range: 10R – 100K 3R3 – 390K 3R3 – 390K
Resistance Tolerance: 10% E12 series 10% E12 series 10% E12 series
Temperature Coefficient (ppm/°C): <100R: -900 to ±300                 >100R: -1300 to ±300
Max. Working Voltage: 200V 300V 400V
Max. Overload Voltage: 400V 600V 800V
Dielectric Withstand Voltage: 500 volts 500 volts 700 volts
Impulse Withstanding Voltage*: 10 Kv 14 Kv 20 Kv
NB *: Please refer to Resistance to Pulse Circuit

Dimensions

BULK L C (max) D d (nom) l
CCR1/2 9.0 ± 1.0 11.1 3.5 ± 0.5 0.7 30 ± 3
CCR1 16.5 ± 1.0 19.0 5.5 ± 1.0 0.8 38 ± 3
CCR2 19.0 ± 1.0 22.5 7.0 ± 1.0 0.8 38 ± 3

Resistance to Pulse Circuit

Resistance to Pulse Graphs
CCR1 CCR2

Environmental

Operating Temperature Range: -40°C to +200°C
Temperature Cycles (-40°C to 85°C, 5 cycles): ∆R/R ± 2%
Load Life (1000 hours at 70°C): ∆R/R ± 5%
Resistance to Solder Heat (360°C for 3 seconds): ∆R/R ± 3%
Short Time Overload (2x rated voltage for 5 seconds): ∆R/R ± 2%
Humidity (40°C, 95%RH 240 hrs.): ∆R/R ± 5%

10kΩ

C=1,000pFDC
(Max. pulse voltage)

SW
1 secON
1 secOFF

Rx
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0

∆R
/r 

(%
)

100 ohms
1 Kohm

10 Kohms

DC 14KV
1 sec. on
1 sec. off
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General Purpose Resistors
Ceramic Composition Resistors

Type CCR Series (continued)

Pulse Limiting Power (Po) One Pulse

10000

1000

100

10

1

CCR
CCR

CCR 1

Pu
ls

e 
Po

w
er

How to Order

CCR 1 10R K B

Common Part

_ - 0.5 Watt

1 – 1.0 Watt

2 – 2.0 Watt

Power Rating

10 ohm
(10 ohms)

10R

1K ohms
(1000 ohms)

1K0

100K ohms
(100000 ohms)

100K

Resistance Value Tolerance

CCR K - 10%

Packaging

B - Bulk

T - Taped
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General Purpose Resistor Networks

SIL Resistor Networks (Standard Packages)

Key Features
■ 2% & 5% Tolerances

■ Low Price Keeps Production 
Costs Down

■ Solvent Proof Coating

■ Very Wide Range

■ Low Profile (5.08mm Max.)

■ Very Strong Construction

■ High Insulation Resistance

Fully automated production techniques,

ensure this extensive range offers you

consistently high standards of perform-

ance and reliability. Tyco Electronics

Components can meet all your demands

with its range of 4 to 13 resistor elements

in common format and 3 to 7 resistor ele-

ments in isolated types. The substrate

and lead frame provide exceptional

strength and the resistors are protected

from humidity and thermal shock by a

hardwearing, solvent proof black

coating. Tyco Electronics Components

will also manufacture custom design

networks for your special requirements.

Please contact our Sales Action Desk

for details.

Characteristics - 
Electrical

Environmental

Resistance Range: 10R to 1M0 (E24 Values)
Resistance Tolerances: 5%, 2%
Maximum Operating Voltage: 100 Volts
Power Rating @ 70°C (Series): 0.125 Watts

(Parallel): 0.200 Watts

Test Method
Spec. JIS - C - 5202 MIL - R - 83401

Operating Temperature: -55° ~ +125°C
Resistance Temperature Coefficient: ±200ppm/°C 5.2 (B) 6.4.8
Short Time Overload: ±1.0% 5.5 4.6.10
Temperature Cycle: ±0.5% 7.4 ( -55°C ~ 125°C) 4.6.3
Load Life: ±2.0% 7.10 (1000 hr.) 4.6.18(70°C 1000hr)
Moisture-Proof Load Life: ±2.0% 7.9 (1000 hr.)
Moisture Resistance: ±1.0% 4.6.15
High Temperature Exposure: ±1.0% 4.6.19
Solderability: 95% coverage min. 6.5 (235°C/2s) 4.6.6
Solder Pot: ±0.5% 6.4 (260°C/10s) 4.6.14
Terminal Strength: ±0.5% 6.1 (1) 1kg/10s) 4.6.11

Circuit Configuration
Please Note: Common Terminal Devices (configuration E) are marked A on the body of the resistor.
Isolated Terminal Devices (configuration M) are marked either B or C on the body of the resistor.

SIL Resistor Networks
(Standard Packages)

M. Isolated TerminalE. Common Terminal

Power Derating Curve

-55 -30 0 20 40 60 70 80 100 120 125

100

80

60

40

20

0

%
 P

ow
er

Temperature (°C)
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General Purpose Resistors
General Purpose Resistor Networks

SIL Resistor Networks (Standard Packages) (Continued)

Dimensions

2.54

0.50 ±0.1

2.54 ±0.2 1.20 ±0.1
3.5 ±0.5

0.25 ±0.05

5.08 Max

2.50 Max

How to Order

SIL 08 E 472 J

Common Part

04 - 4 Pins

05 - 5 Pins

06 - 6 Pins

07 - 7 Pins

08 - 8 Pins

09 - 9 Pins

10 - 10 Pins

11 - 11 Pins

12 - 12 Pins

13 - 13 Pins

14 - 14 Pins

No. of Pins

E - Common Terminals

M - Isolated Terminals

Circuit Config. Resistance Value

SIL

The first two digits
are significant figures

of resistance value and
the third denotes

the number of zeros
following.

e.g. 220R: 221 
4K7: 472
51K: 513
470K: 474 

Tolerance

J - 5%

G - 2%
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Selection Guide

Choosing the right
Passives Device

FIXED
RESISTORS

SMD /
LEADED

SMD

ELEMENT

NTC / PTC MOISTURE /
HUMIDITY

LEADED

ELEMENT

METAL FILM METAL FILM METAL FILM

NTC PTC PTC

8158

NTC
LT73 LT

HUMIDITY MOISTURE

HDP HIS

Other parameters to be aware of:

Component Size
Power Rating Required

Pin Configuration
Voltage Rating

Temperature Coefficient
Resistance Tolerance

Current Rating
Ohmic Value Range

SENSING
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Product Overview
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Sensing Resistors

Sensing Resistors from the Citec and Neohm brands are used traditionally in

temperature compensating circuits and other applications that require a resistance 

that varies according to ambient temperature.

Offering both negative (NTC) and positive (PTC) temperature coefficients in both

surface mount and leaded types these products range from 0402 to 1206 size in

surface mount and to 0.25W in a leaded version.

The product range is complemented by special products suitable for detecting

moisture and humidity.

■ NTC and PTC available

■ SMD sizes down to 0402

■ Temperature coefficient to 4350ppm

■ Operating temperatures to 125°C

■ Excellent linearity

■ Wide value range

■ Special products for detecting moisture and humidity

Max Power Ohmic Value Highest Tightest
Rating Watts Range TCR Tolerance Family Page

0.4W 40R - 500K 4350ppm 5% 8158 156-157
0.125W 100R - 150K 4100ppm 5% NTC 158-159
0.125W 510R - 6K2 3900ppm 5% LT73 160
0.25W 10R - 10K 3300ppm 5% LT 161
0.002W n/a n/a n/a Moisture Sensor - HDP 162-163
0.0003W 50K n/a 10% Humidity Sensor - HIS 164-165
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Key Features
■ Choice of Packages

(0402, 0603, 0805, 1206)

■ Suitable for Pick and Place

■ Operating Temperature
-40°C to +125°C

■ Wide Value Range

■ Embossed Tape on 7" Reels

Type 8158 Series

Tyco Electronic Components is

pleased to offer this innovative range of

Micro Chip Thermistors in 0402, 0603,

0805 and 1206 packages. These

specialist Surface Mount N.T.C.

devices are available in initial

resistances between 40 ohms and

500K ohms, with a tolerance of 5% and

a B constant of either 5% or 3%,

with10K available in 2% or 1% for

0603 and 0402 packaged devices.

This series has a wide operating

temperature range, -40°C to +125°C.

The individual chip thermistors are not

value coded.

Characteristics - 
04:02 Package

Part Resistance B-Value Rated Wattage Operating
Number (R25°C) R25/85 (K) (mW) Temperature

81581E400J280J 40R 2800 40 -40°C to +125°C
81581E202J410J 2K0 4100 40 -40°C to +125°C
81581E302J410J 3K0 4100 40 -40°C to +125°C

06:03 Package

Part Resistance B-Value Rated Wattage Operating
Number (R25°C) R25/85 (K) (mW) Temperature

81581J400J280J 40R 2800 150 -40°C to +125°C
81581J101J280J 100R 2800 150 -40°C to +125°C
81581J501J325J 500R 3250 150 -40°C to +125°C
81581J102J325J 1K0 3250 150 -40°C to +125°C
81581J202J410J 2K0 4100 150 -40°C to +125°C
81581J302J410J 3K0 4100 150 -40°C to +125°C
81581J502J355J 5K0 3550 150 -40°C to +125°C
81581J103J375J 10K 3750 150 -40°C to +125°C
81581J153J380J 15K 3800 150 -40°C to +125°C
81581J203J380J 20K 3800 150 -40°C to +125°C
81581J303J400J 30K 4000 150 -40°C to +125°C
81581J503J400J 50K 4000 150 -40°C to +125°C
81581J104J425J 100K 4150 150 -40°C to +125°C
81581J154J425J 150K 4250 150 -40°C to +125°C
81581J204J425J 200K 4250 150 -40°C to +125°C

08:05 Package

Part Resistance B-Value Rated Wattage Operating
Number (R25°C) R25/85 (K) (mW) Temperature

81582A400J280J 40R 2800 300 -40°C to +125°C
81582A101J280J 100R 2800 300 -40°C to +125°C
81582A501J325J 500R 3250 300 -40°C to +125°C
81582A102J325J 1K0 3250 300 -40°C to +125°C
81582A202J410J 2K0 4100 300 -40°C to +125°C
81582A302J410J 3K0 4100 300 -40°C to +125°C
81582A502J355J 5K0 3550 300 -40°C to +125°C
81582A103J375J 10K 3750 300 -40°C to +125°C
81582A153J400J 15K 4000 300 -40°C to +125°C
81582A203J400J 20K 4000 300 -40°C to +125°C
81582A303J400J 30K 4000 300 -40°C to +125°C
81582A503J400J 50K 4000 300 -40°C to +125°C
81582A104J425J 100K 4250 300 -40°C to +125°C
81582A154J425J 150K 4250 300 -40°C to +125°C
81582A204J425J 200K 4250 300 -40°C to +125°C
81582A504J435J 500K 4350 300 -40°C to +125°C
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Sensing Resistors

12:06 Package

Part Resistance B-Value Rated Wattage Operating
Number (R25°C) R25/85 (K) (mW) Temperature

81582B101J280J 100R 2800 400 -40°C to +125°C
81582B501J325J 500R 3250 400 -40°C to +125°C
81582B102J325J 1K0 3250 400 -40°C to +125°C
81582B202J410J 2K0 4100 400 -40°C to +125°C
81582B302J410J 3K0 4100 400 -40°C to +125°C
81582B502J355J 5K0 3550 400 -40°C to +125°C
81582B103J375J 10K 3750 400 -40°C to +125°C
81582B153J400J 15K 3750 400 -40°C to +125°C
81582B203J400J 20K 4000 400 -40°C to +125°C
81582B303J400J 30K 4000 400 -40°C to +125°C
81582B503J400J 50K 4000 400 -40°C to +125°C
81582B104J425J 100K 4250 400 -40°C to +125°C
81582B154J425J 150K 4250 400 -40°C to +125°C
81582B204J425J 200K 4250 400 -40°C to +125°C
81582B504J435J 500K 4350 400 -40°C to +125°C

8158 2A 103 J 375 J

Common Part

1E - 0402 Package

1J - 0603 Package

2A - 0805 Package

2B - 1206 Package

Case Size Resistance Value

8158 
Chip Thermistor

The first two digits are
signifigant figures of
resistance value and
the third denotes the

number of zeros
following.

e.g. 100R: 101 
10K: 103
100K: 104

Tolerance

280 - 2800
325 - 3250
355 - 3550
375 - 3750
400 - 4000
410 - 4100
425 - 4250
435 - 4350

B Constant
25/85 (K)

B Constant
Tolerance

J - 5% J - 5%

E - 3%

How to Order

Dimensions

Case Size A±0.2 B±0.2 T Max.
0402 1.0 0.5 0.7
0603 1.6 0.8 1.0
0805 2.0 1.25 1.2
1206 3.2 1.6 1.2

A

B

T



Resistance Value /
ß Constant

Resistance Value ß Constant
@ 25°C NTC0603 NTC0805

100
150
220
330
470
680
1K0
1K5
2K0
2K2
2K5
3K0
3K3

- - - - -
- - - - -
- - - - -
- - - - -
- - - - -
- - - - -
- - - - -
- - - - -
- - - - -
- - - - -
- - - - -
- - - - -
- - - - -

2750
2750
2750
2750
2750
2750
2750
3000
3000
3000
3000
3450
3450

Temperature Sensing Chip Resistors (N.T.C. Thermistor)

Type NTC Series

Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

158

Key Features
■ Two Package Sizes

■ Suited to Automatic Pick
and Place

■ Components supplied 
unmarked

■ -55°C to +125°C
Temperature Range

Type NTC Series

A range of NTC chip thermistors

offering high thermal sensitivity.

Suitable for temperature compensating

circuits and other applications

requiring a resistance that varies

according to ambient temperature.

Characteristics - 
Electrical

NTC0603 NTC0805
Rated Power Max @ 55°C (mW): 63 125
Optimum Working Dissipation (mW): 0.4 1
Resistance Range (ohms) Min: 4K7 100

Max: 150K 150K
Tolerance on Resistance (%): 5     10 5     10
Code Letter: J     K J     K
Selection Series: See Table
ß Constant: See Table
Tolerance on ß (%): 5 (3% available on request)
Thermal Time Constant (sec): 2 4
Thermal Dissipation Constant (mW/°C): 1.2 1.5
Operation Temp. Range (°C): -55 to +125

Typical Performance Graph Derating Curve

Dimensions

Style L W t a b Reel Qty
NTC0603 1.6 ± 0.15 0.8 ± 0.15 0.5 ± 0.1 0.3 0.3 5000
NTC0805 2.0 1.25 0.5 0.4 0.4 5000
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NTC 0603 J 2K0

Common Part
0603

0805

Size

J - 5%

Tolerance Value
NTC - Negative

Temperature Coefficient
Chip Thermistor

See table on
previous page

Temperature Sensing Chip Resistors (N.T.C. Thermistor)

Type NTC Series (continued)
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Sensing Resistors

Resistance Value / ß Constant (continued)

Resistance Value ß Constant
@ 25°C NTC0603 NTC0805

4K7
5K0
6K8
10K
15K
20K
22K
30K
33K
47K
50K
68K
100K
150K

3500
3500
3500
3700
3850
3950
3950
3950
3950
4100
3950
4100
4100
4100

3450
3450
3850
4100
4100
4100
4100
4100
4100
4100
3950
4100
4100
4100

Change of Resistance with Temperature

R = 1K0 ± 5%, ß = 2750 ± 5% R = 100K ± 5%, ß = 4100 ± 5%
Temp (°C) R Min R Nom R Max R Min R Nom R Max

-55
-50
-45
-40
-35
-30
-25
-20
-15
-10
-5
0
5
10
15
20
25
30
35
40
45
50
55
60
65
70
75
80
85
90
95
100
105
110
115
120
125

23,619
18,060
13,973
10,931
8,639
6,895
5,552
4,510
3,693
3,074
2,532
2,118
1,784
1,511
1,288
1,103
950
822
715
624
548
482
426
378
337
301
270
243
219
198
180
163
149
136
125
114
105

29,443
22,198
16,944
13,085
10,214
8,055
6,414
5,153
4,175
3,410
2,806
2,326
1,941
1,630
1,377
1,170
1,000
859
741
643
560
490
430
379
336
298
266
238
213
192
173
157
142
129
118
108
99

36,612
27,216
20,496
15,624
12,047
9,388
7,390
5,873
4,709
3,807
3,103
2,548
2,107
1,754
1,469
1,239
1,050
895
767
660
571
496
433
380
334
295
261
232
207
186
167
150
135
122
111
101
92

11,437,698
7,666,457
5,229,571
3,626,293
2,553,502
1,824,208
1,320,987
968,858
719,179
539,923
409,704
314,048
243,038
189,795
149,493
118,711
95,000
76,585
62,174
50,811
41,789
34,578
28,776
24,081
20,258
17,128
14,551
12,420
10,647
9,167
7,924
6,877
5,990
5,237
4,594
4,044
3,571

15,492,485
10,167,934
6,797,677
4,623,690
3,196,281
2,243,342
1,597,136
1,152,437
842,136
622,766
465,752
352,049
268,796
207,195
161,161
126,434
100,000
79,707
64,002
51,752
42,128
34,512
28,445
23,582
19,658
16,475
13,877
11,746
9,988
8,532
7,319
6,304
5,452
4,733
4,123
3,605
3,162

20,932,275
13,451,901
8,813,894
5,880,679
3,990,860
2,751,881
1,926,187
1,367,374
983,650
716,523
528,143
393,661
296,539
225,625
173,305
134,321
105,000
82,749
65,719
52,579
42,363
34,360
28,048
23,035
19,029
15,807
13,201
11,081
9.347
7,921
6,743
5,765
4,950
4,266
3,691
3,206
2,794

How to Order
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LT73 3900 2A 103 1K0 J

Common Part

3000ppm/°C

3900ppm/°C

T.C.R Size

LT73 - Standard
2A - 0.1W

2B - 0.125W

Resistance Value

J ±5%

Tolerance Pack Style
The first two digits

are significant figures
of resistance value

and the third denotes
the number of zeros

following.

e.g. 510R: 511 
1K0: 102
3K0: 302

Taped - 4000
on Reel

How to Order

Ld

W

H

D

Temperature Sensing Chip Resistors (P.T.C. Thermistor)

Type LT73 Series

Key Features
■ Solvent Resistant Coating

■ Wide Value Range

■ Excellent Linearity

■ 08 05 Small Size

■ Stocked in 3900ppm/°C

■ Other TCR's Available to 
Order

■ Supplied on Tape and Reel

■ Power derates to zero
at 125°C

Type LT73 Series

This tiny thin film chip is manufactured

by sputtering pure metals onto a high

purity alumina base. This process

ensures the element remains stable in

performance over a long life. The LT73

is equally suited to temperature

compensation or thermal protection

when incorporated within the

appropriate electronics. This range of

sensors are finished in a tough epoxy

seal and are available on tape for high

speed auto placement.

Characteristics - 
Electrical

0805 Size (preferred) 2A 1206 Size 2B
Resistance Range: 510R - 3K0 510R - 6K2
Resistance Tolerance: ±5% ±5%
Rated Power at 70°C: 0.1 watt 0.125 watt
Max. Working Voltage @ TA 70°C: 50 volts 75 volts
Max. Overload Voltage @ TA 70°C: 100 volts 150 volts
Operating Temperature Range: -40°C ~ +125°C -40°C ~ +125°C
TCR Measuring Temperature: +25°C ~ +75°C (See Graph) +25°C ~ +75°C (See Graph)
TCR Tolerance: ± 10% ± 10%
Insulation Resistance: More than 10 Meg More than 10 Meg

Cleaning

The washing process is very important to ensure long term reliability because ionic impurity from flux may cause
electrolytic corrosion of the metal film.

Short time Overload: Rated Voltage x 2.5 maximum Overload Voltage for 5 seconds, 
whichever is less

Resistance to Soldering Heat: 260°C ± 5°C, 10 seconds ± 1 second
Solderabililty: 235°C ± 5°C, 3 seconds ± 0.5 second

4500

3300

2400

1600

TCR
(ppm/°C)

-50 -25 0 25 50 75 100 125
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)
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Typical Performance Graph

Dimensions

Chip L W H D d Weight
Size /1000

2A-08.05 2.0±0.20 1.25±0.2 0.5±0.1 0.4±0.2 0.35±0.15 4.54g
2B-12.06 3.2±0.20 1.60±0.2 0.6±0.1 0.5±0.3 0.45±0.15 9.14g
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Sensing Resistors
Temperature Sensing Resistors (P.T.C. Thermistor)

Type LT Series

L

d
D

Key Features
■ Insulated Package Style

■ Positive Temperature 
Coefficient

■ Supplied on Tape for Auto 
Insertion

■ 0.16 Watts or 0.25 Watts 
Available

■ Wide Operating Temperature 
Range

■ Available with Pre Formed 
Leads

Type LT Series

The LT temperature sensing resistors

are trimmed to specification on latest

equipment. The case construction

epoxy coated with axial leads, permits

automatic insertion with available tape

and reel packaging.

Characteristics - 
Electrical

Environmental

Style 16 Style 14
Resistance Range: 10R to 5K1 10R to 10K
Resistance Values: E24 Grid E24 Grid
Resistance Tolerance: ±5% ±5%
T.C.R. Tolerance: ±10% ±10%
Power Rating (Watts): 0.16 Watts at 70°C 0.25 Watts at 70°C
Withstand Voltage: 300V 500V
Short Time Overload: 2.5 x Rated Voltage 2.5 x Rated Voltage

for 5 Seconds for 5 Seconds

Marking

L

d
D

Dimensions

Operating Temperature Range: -40°C to +125°C
Load Life at 70°C: ±3% +0.05 ohms (after 1000 hours)
Temperature Cycling: -40°C to +125°C (5 cycles)
Moisture Resistance: ±3% +0.05 ohms (after 1000 hours at 40°C, 95% RH)

Style L Max. l D d
LTxxxx16 3.4 15.0 ±0.3 1.7 ± 0.2 0.45
LTxxxx14 6.8 15.0 ±0.3 2.3 ± 0.3 0.60

LT 3000 16 T26 1K0 J

Resistance Multiplier

Resistance 2nd Code

Resistance 1st Code

T.C.R. 2nd Code

T.C.R. 1st Code

Common Part

3000 -
3000ppm/°C

3300 -
3300ppm/°C

T.C.R Power Rating

LT - Linear Positive
TCR Thermistor

Sensor

16 - 0.16 Watts

14 - 0.25 Watts

Packaging

1 ohm
(1 ohm) 1R0

1K ohm
(1000 ohms) 1K0

Resistance Value Tolerance

T-26  Taped and
Ammo Packed J - 5%

How to Order
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Moisture Sensing Resistors

Type HDP Series

Key Features
■ Swift Response (Switch)

■ Stable Load Life

■ Wire Terminations

■ Mounting Plate Option

■ Range of Applications

Type HDP Series

The HDP low cost thick film sensor can

be used to detect the presence of

moisture in a multitude of applications.

The HDP sensor can be provided with

wire leads and mounted to a carrier

plate. This sensor is well established

and represents an effective and

reliable indicator in sensitive electronic

equipment, where excessive moisture

could cause catastrophic failure.

Characteristics - 
Electrical

Mechanical

Vibration (10 - 55 Hz): After 2 minutes x 1.5mm amplitude x,y & z
Lead Wire Strength: 1 Kg applied vertically 10 seconds
Lead Wire Type: UL1571 AWG # 28

Rated Voltage: 0.8 volts maximum
Rated Power: 2mW
Operating Temperature Range: 1°C to 60°C
Operating Humidity Range: 0% to 100% RH
Storage Temperature Range: -40°C to +85°C
Response Speed: 10 seconds to reach minimum 100K

Environmental

Moisture Cycling: 1000 cycles
Temperature Cycling (-40°C to 701°C): 30 minutes each x 5 cycles
High Temperature: 85°C x 1000 hours
Low Temperature: -40 °C x 1000 hours
Low Humidity (5% RH at 40°C): 1000 hours
High Humidity Load Life (90 - 95% RH, 40°C, 0.8v): 1000 hours

Dimensions
HDP07SN

HDP07SC
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Sensing Resistors
Moisture Sensing Resistors

Type HDP Series (continued)

Moisture Response Curve

User Notes
1. Never touch sensor surface. Finger salts will damage sensor. Also prevent adhesives, flux, solder, oil, grease, solvents

(all types) and any ionised material, e.g. tap water making contact with sensor.

2. Do not allow smoke, breath or steam to directly impact sensor surface. Clean only with cotton wool buds penetrated by
steam if necessary.

How to Order

HDP 07 SC 1

Common Part

07 - High Response
(See Table Above)

Element Type

SN - Element and Lead
Wire

SC - Add Carrier
and Plate

Assembly Type Lead Length

HDP - Moisture Sensor
1 - L = 50mm

2 - L = 100mm

60 70 80 90 100

% Relative Humidity

10M

1M

100K

10K

1K
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Humidity Sensing Resistors

Type HIS Series

Key Features
■ Highly Responsive

■ Humidity Range 20% RH - 
90% RH

■ Suited to AC Power Supply 
Only

■ Temperature Range
-25°C - +60°C

■ Custom Connectors Possible

■ Robust Construction

■ Complete Test Data Available

Type HIS Series

This is a high quality, highly responsive

polymer film humidity sensor enclosed

in a polypropylene moulded case with

filter and with the option of pcb pins at

2.5 mm. centres or lead wires subject

to consultation with our technical sales

group. Attractively priced, this is an

excellent resistive sensor which is

suited to a wide range of market

applications.

Characteristics - 
Electrical

Rated Voltage: 1V AC sine wave (effective value)
or square wave of AC 5V

Rated Wattage: 0.3 mW
Operating Temperature Range: -20°C - +60°C
Operating Humidity Range: 20 ~ 90% RH
Operating Frequency: 50Hz ~ 1kHz
Humidity Response Characteristics: 30% RH to 90% RH
Resistance Value: 45K to 55K ohms (at 25°C, 50 ± 5% RH)

N.B. Sensor must not be subject to 100% RH - Dew Drops

Temp (°C)
Relative Humidity (%RH)

20 30 40 50 60 70 80 90
5 68057 4915 824.0 218.5 72.27 28.15 12.09 5.35
10 35993 3076 566.4 151.4 49.94 19.30 8.21 3.70
15 19368 1948 375.3 98.80 33.47 13.36 5.68 2.70
20 10800 1130 240.0 68.00 22.70 9.60 4.33 2.08
25 5916 694 149.9 45.80 17.20 7.17 3.28 1.66
30 3450 420 94.6 31.00 11.30 5.20 2.60 1.42
35 2053 268 60.6 21.28 8.05 3.81 2.05 1.22
40 1235 172 40.8 14.97 6.11 3.00 1.71 1.05
45 740 115 30.2 11.01 4.76 2.43 1.46 0.93

Temperature Humidity Characteristics

Environment Conditions of Humidity Sensor
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Storage Range Operating Probable Range Humidity Detection Range

User Notes
1. Ensure that no water, alcohol, oil or finger salts make contact with the sensor element
2. Ensure A.C. power source only
3. Do not directly expose sensor to smoke from cigarettes, breath or excessive steam.
4. Do not use for medical apparatus involving risk of affecting life.
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Sensing Resistors
Humidity Sensing Resistors

Type HIS Series (continued)

Temperature Humidity Characteristics (continued)

A - Humidity Sensor
B - Case
C - Lead Terminal
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How to Order

HIS 06

Common Part

06 - See Response
Curve 

Element Reference

HIS - Humidity Sensor

Dimensions
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Selection Guide

Choosing the right
Passives Device

FIXED
RESISTORS

PROBE PADS

SMD /
LEADED

SMD

ELEMENT

RCU

RCS

RCT

RCW

Other parameters to be aware of:

Component Size
Power Rating Required

Pin Configuration
Voltage Rating

Temperature Coefficient
Resistance Tolerance

Current Rating
Ohmic Value Range

WIRE
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Probe Pads

A range of unique Surface mount devices from the Citec brand enable safe probing of

circuitry when testing, adjusting, setting up, measuring and repairing tiny electronic

circuitry. Available in 3 different surface mount sizes and packaged for automatic

placement.

■ Small dimensions

■ SMD 0603, 0805 and 1206 sizes

■ Suitable for flow or reflow soldering

■ High current capability

MaximumValue Current Size Family Page

< 50 milliohms 2 amps 0603, 0805 and 1206 RC 168



SMD Circuit Probe Pads

Type RC Series
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Key Features
■ Small Dimensions

■ Suited to Flow or Reflow 
Soldering

■ Solder Only Sticks to Plated 
Base

■ Packaged on Tape and Reeled

■ High Current Handling

■ Unaffected by Climatic
Changes

Type RC Series

A range of unique surface mount

devices. Avoid damage to sensitive

tiny electronic circuits by incorporating

these probe pads in the circuitry. A

choice of three sizes relate to standard

chip footprint areas. These probe pads

are packaged on tape for high speed

automatic placement. They enable

safe probing of circuitry when

adjusting, setting up measuring or

repairing tiny electronic circuitry.

Characteristics - 
Electrical

Dimensions
RCU (0603)

RSC (1206)

RCT (0805)

RCW (1206)

Type Dimensions Resistance Weight Current Operating
Temperature

RCU 1.60 x 0.80 6.3mg
RCT 2.00 x 1.20

Less Than 50
13.8mg

RCS 3.2 x 1.60
Milli Ohms 21.4mg 2 Amps -55°C - +125°C

(Height 1.25)

RCW 3.2 x 1.60 26.6mg(Height 1.25)

How to Order

RCU– 0C

Common Part

0C - 2000 Pieces
(7” Reel)

0D - 5000 Pieces
(10” Reel)

Reel Size
RCU– - 06:03

RCT– - 08:05

RCS– - 12:06

RCW– - 12:06
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Engineering Notes
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Probe Pads
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SMD Trimmers

Selection Guide

Choosing the right
Passives Device

VARIABLE
RESISTORS

SINGLE /
MULTI TURN

MULTI

SEALED SEALED

SINGLE

CERMET /
CARBON

CERMET CERMET CARBON

3240

3270

3212

3213

3315

3316

3317

3203

3204

SEMI

3121

3130

3133

3135

3142

3150

3155

3165

3103

Other parameters to be aware of:

Component Size
Power Rating Required

Pin Configuration
Voltage Rating

Temperature Coefficient
Resistance Tolerance

Current Rating
Ohmic Value Range

SMD TRIMMERS

SEALED

Y Y SEMI N
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SMD Trimmers

Product Overview

Size Element Style Features Family Page

2mm sq Cermet Open-Frame Auto Adjust Head 3121 172
3mm sq Cermet Open-Frame Delta Terminals 3130 173
3mm sq Cermet Open-Frame Delta Terminals 3133 174
3mm sq Cermet Open-Frame Delta Terminals 3135 175
4mm sq Cermet Open-Frame Delta Terminals 3142 176
4mm sq Cermet Open-Frame Delta Terminals 3150 177
4mm sq Cermet Open-Frame In Line Terminals 3165 178
3mm sq Carbon Semi-Sealed End Stop, Delta 3103 179
3mm sq Cermet Semi-Sealed End Stop, Delta 3203 180
4mm sq Cermet Semi-Sealed Delta Terminals 3204 181
2mm sq Cermet Sealed End Stop, Delta 3212 182
3mm sq Cermet Sealed End Stop, Delta 3213 183
5mm sq Cermet Sealed End Stop, Delta 3315 184-185
4mm sq Cermet Sealed Multi Turn, Delta 3240 186-187
6mm sq Cermet Sealed Multi Turn, Delta 3270 188-189

Tyco Electronics Components offers a comprehensive range of variable resistors and

potentiometers to satisfy the demands of circuit designers throughout the full spectrum

of industrial and professional markets.

A vast range of trimming potentiometers is readily available to suit all needs with

devices manufactured in a variety of technologies in conventional or SMD packages

from as small as 2mm square up to the traditional 10mm professional trimmer. The

packages include single-turn , multi-turn , semi sealed , fully sealed and skeleton

versions which represents a fully comprehensive range of solutions to all circuit

requirements.

■ Well Established Brand Name

■ Unequalled Comprehensive Range

■ Stable Cermet Elements

■ Economic Carbon Elements

■ Multi-turns For Precise Set-ability

■ Various Sealing Solutions



Environmental

Operating Temperature: -40°C to +100°C
Storage Temperature: -10°C to +40°C
Storage Time: 6 Months

For maximum shelf life do not disturb polythene sleeve until you are ready to use potentiometers. 

SMD Economy Trimmers

Type 3121 Series
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Key Features
■ Consumes Minimal

Board Space

■ Taped and Reeled (8mm)

■ 50V Operating Maximum

■ Wide Value Range

■ Attractively Priced

■ Suited to Pick and Place

■ 0.15 Watts Power Rating

■ Stable Alumina Substrate

Type 3121 Series

Is this the ultimate in small

size electro-mechanical components?

Probably not, but certainly so for some

long time to come. Just 2.2mm x 2.7mm

in size, this tiny surface mount trimmer is

offered in a range of values and

available from Tyco Electronics

Components NOW. The 3121 trimmer

covers a board area of approx. 6mm

square - about the same size as a 12:06

flat chip. Its adjustment rotor has an

unbroken perimeter with internal driver

slot allowing standard vacuum nozzles

and trim tools to be used.

Characteristics - 
Electrical

Mechanical

Mechanical Adjustment: Continuous
Rotational Torque: 1 to 15 mNm
Rotational Life: ±15% maximum change (20 cycles)
Packaging: 3000 pieces per 7" reel

Resistance Range: 100R to 1M (Linear)
Resistance Values: 1, 2, 5 in each decade
Resistance Tolerance: ± 25%
Temperature Coefficient of Resistance: ±250ppm/°C ( -20°C ~ +85°C)
Continuous Operating Voltage: 50 Volts DC maximum
Power Rating @ 70°C: 0.15 Watt
Effective Electrical Angle: 260° ±20°

Dimensions Recommended Land Pattern

How to Order

3121 X 102 P

Common Part

X - Terminals 1 and 3
away from the
sprocket holes

Orientation
The first two digits are
signifigant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 1K: 102
5K: 103

100K: 104

Resistance Value Tolerance

Auto Adjust Trimmer P - 25 %



Environmental

Temperature Range: -40°C to +100°C
Rotational Life: 20 Cycles  ∆R ±15%
Load Life: ∆R < 5% after 500 Hours @ 70°C
Humidity Load Life: ∆R ± 5% 500 Hours at 95% RH under load
High Temperature: ∆R ± 5% 500 Hours at 70°C
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SMD Economy Trimmers

Type 3130 Series

Key Features
■ Tiny 3mm Potentiometer

■ Stable Cermet Element

■ Light Weight - Only 0.04 
Grams

■ Only 1.55mm Height above 
Board

■ Components Marked with 
Value

■ Packaged in 2000 Pieces on 
8mm Tape

■ Delta Terminals Prevent 
Solder Bridging

■ Top and Underside Adjust 
Available

Type 3130 Series

The ultimate in miniaturised

potentiometers the 3130 trimmer from

Tyco Electronics Components is one of

the smallest and lightest trimmers

available. With a weight of just 40mg

and a height profile of only 1.55mm, it

has been developed specifically for

new generation hand held equipment

where design specification demands

precise setting and exceptional

reliability. These tiny trimmers are

supplied packaged for auto assembly

in 8mm blister tape on 7" reels of

2000 pieces.

Characteristics - 
Electrical

Mechanical

Rotation Torque: 20 - 200 gfcm
Mechanical Rotation: Continuous
Marking: 2 Digit Resistance Code on Potentionmeter.

Date Code on Reels

Resistance Range: 100R to 1M
Resistance Values: 1, 2 & 5 in each decade
Resistance Tolerance: ± 25%
Resistance Law: Linear
Temperature Coefficient of Resistance: ± 250ppm/°C (-40°C to +100°C)
Maximum Operating Voltage: 50 V DC
Resolution: Infinite
Contact Resistance Variation: 5% of Nominal Value
Power Rating: 0.15W @ 70°C (Derating to zero @ 100°C)
Electrical Rotation: 260° ±20°

Dimensions -
3130

3132

How to Order

3130 X 102 P

Common Part

X - Terminals
away from the
sprocket holes

Orientation
The first two digits are
signifigant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101
1K: 102
10K: 103
100K: 104

Resistance Value Tolerance

P - 25 %
3130  - Top Adjust

3132 - Underside Adjust



Environmental

Temperature Range: -40°C to +100°C
Rotational Life: 20 Cycles  ∆R ±10%
Load Life: ∆R < 5% after 1000 Hours @ 70°C
Soldering Heat: 240°C 10 seconds recommended
Humidity Load Life: ∆R ± 5% 1000 Hours at 95% RH under load

Mechanical

Rotation Torque: 1mNm - 12 mNm
Mechanical Rotation: Continuous
Marking: 2 Digit Resistance Code on Potentiometer.

Date Code on Reels

Literature No. 1773442-9
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How to Order

3133 X 104 P

Common Part

X - Terminals 1 and 3
away from the
sprocket holes

Orientation
The first two digits are
signifigant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101
1K: 102
10K: 103
100K: 104

Resistance Value Tolerance

3133 - 3mm Top Adjust
Cermet Trimmer P - 25 %

SMD Economy Trimmers

Type 3133 Series

Key Features
■ Tiny 3mm Potentiometer

■ Stable Cermet Element

■ Light Weight - Only 0.04 
Grams

■ Only 1.2mm Height above 
Board

■ Components Marked with 
Value

■ Packaged in 2500 Pieces on 
8mm Tape

■ Delta Terminals Prevent 
Solder Bridging

Type 3133 Series

The ultimate in miniaturised

potentiometers the 3133 trimmer from

Tyco Electronics Components is one of

the smallest and lightest trimmers

available. With a weight of just 40mg

and a height profile of only 1.2mm, it

has been developed specifically for

new generation hand held equipment

where design specification demands

precise setting and exceptional

reliability. These tiny trimmers are

supplied packaged for auto assembly

in 8mm blister tape on 7" reels of 2500

pieces.

Characteristics - 
Electrical

Resistance Range: 100R to 1M
Resistance Values: 1, 2 & 5 in each decade
Resistance Tolerance: ± 25%
Resistance Law: Linear
Temperature Coefficient of Resistance: ± 250ppm/°C (-40°C to +100°C)
Maximum Operating Voltage: 50 V DC
Resolution: Infinite
Contact Resistance Variation: 5% of Nominal Value
Power Rating: 0.1W @ 70°C (Derating to zero @ 100°C)
Electrical Rotation: 260° ±20°

Dimensions
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Type 3135 Series

Key Features
■ Tiny 3mm Potentiometer

■ Stable Cermet Element

■ Weight 0.04 Grams

■ Components Marked
with Value

■ Delta Terminals Prevent 
Solder Bridging

■ Attractively Priced

■ Packaged in Standard
8mm Tape

Type 3135 Series

The 3135 miniature chip trimmer

incorporates the latest technology

developments and has been rigorously

tested to the highest standards. It has

been developed specifically for new

generation handheld equipment,

where the design specification

demands precise setting and

exceptional reliability. This tiny trimmer

is supplied packaged for auto

assembly in 8mm plastic blister tape

on 180mm reels of 2000 units.

Characteristics - 
Electrical

Mechanical

Rotational Torque: 2 to 20 mNm
Mechanical Adjustment: Continuous
Weight: 0.04 grams
Marking: 2 digit resistance code on potentiometer

Environmental

Temperature Range: -40°C to +100°C
Rotational Life: After 20 cycles ∆R < 10%
Load Life: ∆R <5% after 1000 hours at 70°C
Soldering Heat: 220°C for 40 Seconds maximum.
Humidity Load Life: ∆R < 5% after 1000 hours 95% RH under load
High Temperature: ∆R < 5% after 1000 hours at 70°C

Resistance Range: 100R to 1M
Resistance Values: 1, 2, 5 in each decade
Resistance Tolerance: ± 25%
Resistance Law: Linear
Temperature Coefficient of Resistance: ± 250ppm / °C ( -40°C to 100°C)
Maximum Operating Voltage: 50V DC or AC RMS maximum
Resolution: Essentially Infinite
Contact Resistance: <5% nominal resistance
Power Rating: 0.1W at 70°C (derating to zero at 100°C)
Effective Electrical Angle: 270° ± 20°

Dimensions

How to Order

3135 X 502 P

Common Part

X - Terminals 1 and 3
away from the
sprocket holes

Orientation
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 1K: 102
10K: 103
100K: 104

Resistance Value Tolerance

3mm Trimmer P - 25 %
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SMD Economy Trimmers

Type 3142 Series

Key Features
■ Stable Cermet Element

■ 0.15W Power Rating

■ Packed in Standard 12mm 
Tape

■ Suited to Auto Placement

■ Temperature Range
-25°C to +85°C

■ Excellent Vacuum Pickup
on Rotor

■ Height Profile of Just 2.4mm 
from Board

Type 3142 Series

A range of small single turn trimmers

suited to reflow soldering and

attractively priced for volume applica-

tion. The 3142 trimmer is supplied on

12mm tape on 180mm diameter reels.

This product is long established,

having an excellent reputation for long

term stability. It is readily available from

our network of distributors.

Characteristics - 
Electrical

Mechanical

Rotation Torque: 2.0 - 20 mNm
Solder Strength: 300mNm (3 directions) minimum
Mechanical Rotation: 360° Continuous

Environmental

Operating Temperature Range: -25°C to +85°C
Humidity Load Life: 350 hrs 40°C RH 90-95% ∆R ±5%
Load Life: 1000 hrs @ 70°C ∆R ±5%
Temperature Cycle: ∆R ±3% -25°C ~ +85°C
Rotational Life: 10 ±10% cycles

Resistance Range: 100R to 1M
Resistance Values: 1, 2 & 5 in each decade
Resistance Tolerance: ± 25%
Resistance Law: Linear
Temperature Coefficient of Resistance: ± 250ppm/°C
Operating Voltage: 50 V DC maximum
Wiper Current: 50mA maximum
Resolution: Infinite
Contact Resistance Variation: <5% of Nominal Value
Power Rating: 0.15 Watts @ 70°C  (Derating to zero @ 85°C)
Electrical Rotation: 270° ±10°
End Resistance: 5% maximum
Insulation Resistance: 100M (250V DC) minimum

Dimensions Substrate Layout

How to Order

3142 W 102 P

Common Part

W - Terminals 1&3
towards sprocket holes

Orientation
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101
1K: 102
10K: 103
100K: 104
1MO: 105

Resistance Value Tolerance

3130  - 3 Terminals P - 25 %



Environmental

Temperature Range: -40°C to +100°C
Temperature Storage: -55°C to +100°C
Rotational Life: 20 Cycles  ∆R ±15%
Load Life: ∆R < 5% after 500 Hours @ 70°C
Humidity Load Life: ∆R ± 5% 500 Hours at 95% RH under load (60°C)
High Temperature: ∆R ± 5% 500 Hours at 70°C
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Type 3150 Series

Key Features
■ Tiny 4mm Potentiometer

■ Stable Cermet Element

■ Light Weight - Only 0.2 
Grams

■ Only 1.5mm Height above 
Board

■ Components Marked with 
Value

■ 0.2W Power Dissipation

■ Packaged in 1000 Pieces on 
12mm Tape

■ Delta Terminals / In Line 
Terminals

■ Top and Underside Adjust 
Available

Type 3150 Series

This is the ultimate in lightweight, low

profile skeleton 4mm surface mount

potentiometers.  Offered in easy, top or

underside adjustment, with a plus

slot that is ideal for automatic top

adjustment.  At a weight of 0.2 grams

and a profile height that is only 1.5mm

above the board, it is a natural

choice for new generation hand held

equipments.  The trimmer is a mere

4mm and is a well proven and popular

package supplied on standard 12mm

tape for automatic placement, and

reflow soldering systems.  The central

hole is filled with resin to improve

ease of pick and placement.

Characteristics - 
Electrical

Mechanical

Rotation Torque: 2 - 20 mNm
Weight: 0.2 grams
Terminal Strength: Horizontal 1Kgf – Vertical 500gf
Mechanical Rotation: Continuous
Marking: Resistance Code on Potentiometer.

Date Code on Reels

Resistance Range: 100R to 1M
Resistance Values: 1, 2 & 5 in each decade
Resistance Tolerance: ± 25%
Resistance Law: Linear
Temperature Coefficient of Resistance: ± 250ppm/°C (-25°C to +85°C)
Maximum Operating Voltage: 50 V DC
Resolution: Infinite
Contact Resistance Variation: 5% of Nominal Value
Power Rating: 0.2W @ 70°C (Derating to zero @ 100°C)
Electrical Rotation: 260° ±20°

Dimensions - 
3150

3155

How to Order

3150 W 102 P

Common Part

W - Terminals a and c
towards the

sprockets holes

Orientation
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101
1K: 102
10K: 103

Resistance Value Tolerance

3150 - 3 Terminals Offset
Top Adjust

3155 - 3 Terminals Inline
Top / Underside Adjust

P - 25 %
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How to Order

3165 W 102 P

Common Part

W - Terminals 1 and 3
towards the

sprockets holes

Orientation
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101
1K0: 102
10K: 103

Resistance Value Tolerance

3165 - 3 Terminals Inline

3166 - 2 Terminals
Delta Configuration

P - 25 %

SMD Economy Trimmers

Type 3165 Series

Key Features
■ Stable Cermet Element

■ Choice of Orientation Options

■ Available on Standard
12mm Tape

■ Lightweight - Only 0.2 Grams

■ New Style Cross Slot Adjust

■ Low Price Reduces 
Production Costs

■ Small Compact Size
(4mm Square)

■ 2 and 3 Terminal Options

Type 3165 Series

These cermet element surface mount

trimmers feature a cross-slot

adjustment head with unbroken

perimeter for ease of vacuum pick up

and auto adjustment.

Available in two and three terminal

styles these 4mm trimmers are

supplied on standard 12mm blister

tape and are suitable for all reflow

soldering processes.

Characteristics - 
Electrical

Mechanical

Rotation Torque: 2.0 - 20 mNm
Weight: 0.2 grams

Environmental

Operating Temperature Range: -25°C to +85°C
Storage Temperature: 500 hours at 70°C
Humidity Load Life: 350 hours ∆R ± 5% 40°C RH 90-95%
Load Life: 1000 hours ∆R ± 5% @ 70°C
Effect of Soldering: 250°C ±10°C 3 seconds ∆R ± 3%
Rotational Life: 10 cycles ∆R ± 15%

Resistance Range: 100R to 1M
Resistance Values: 1, 2 & 5 in each decade
Resistance Tolerance: ± 25%
Resistance Law: Linear
Temperature Coefficient of Resistance: ± 250ppm/°C at-25°C to +85°C
Operating Voltage: 50 V maximum
Resolution: Infinite
Contact Resistance Variation: <5% of Nominal Value
Power Rating: 0.15 Watts @ 70°C (Derating to zero @ 100°C)
Electrical Rotation: 270° ±10°

Dimensions
3165

3166



Environmental

Temperature Range: - 25°C to 70°C
Rotational Life: After 20 cycles ∆R ± 15%
Load Life: ∆R Within + 2%, -15% after 500 hrs at 50°C

Under Load
Sealing: Dustproof - Suitable for Washing
Humidity Load Life: ∆R -10%, +15% after 500 hrs at 40°C, RH 90 to

95%, Under Load

Mechanical

Rotational Torque: 1 to 15 mNm
Adjustment (End Stop Torque): 20 mNm
Weight: 0.09 grams
Terminal Robustness: Horizontal 10 N

Vertical 5 N
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Type 3103 Series

Key Features
■ Tiny 3mm Square Size

■ Latest Carbon Polymer 
Technology

■ Suitable For Washing

■ Delta Terminals Prevent 
Solder Bridging

■ Super Thin - Less Than
2mm High

■ Packed in 8mm Standard 
Plastic Tape

■ Integrated End Stop

Type 3103 Series

The latest miniaturised Citec sealed

trimmer is the smallest, lightest sealed

potentiometer available and the most

cost effective. Consuming just

10.5mm2 of board real estate, it has

been developed specifically for new

generation hand held equipment,

where double sided component place-

ment is often unavoidable. These 3mm

devices are only 1.8mm high. Due to

the innovative carbon on polymer

technology, the device sets new

standards in low cost high reliability

electro mechanical components.

Characteristics - 
Electrical

Resistance Range: 200R to 1M
Resistance Values: 1, 2, 5 in each decade
Resistance Tolerance: ± 30%
Temperature Coefficient of Resistance: ± 500ppm / °C (25 to 85°C)

± 750ppm / °C (-25 to 25°C)
Resistance Law: Linear
Max. Operating Voltage: 50V dc
Contact Resistance Variation: 5% of Nominal Max.
Power Rating: 0.05W at 50°C (Derating to zero @ 85°C)
Effective Electrical Angle: 260° ± 20°

Dimensions Substrate Layout

How to Order

Common Part

X - Terminals 1 and 3
away from the
sprocket holes

Orientation

The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 1K: 102
5K: 502

100K: 104

Resistance Value Tolerance

3mm Sealed Trimmer N - 30 %

3103 X 502 N
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SMD Trimmers

Type 3203 Series

Key Features
■ Tiny 3mm Square Size

■ Suited to Dip and Wave 
Solder

■ Latest Cermet Technology

■ Suitable for Solvent Washing

■ Delta Terminals Prevent 
Solder Bridging

■ Super Thin - Only 2mm High

■ Designed for Auto Adjust

■ Packed in Standard 12mm 
Tape

Type 3203 Series

Consuming just 10.5 sq.mm of

board, the 3203 trimmer has been

developed specifically for a new

generation of hand held equipment,

where mixed technology and double

sided component placement are

unavoidable. These 3mm devices are

just 2mm high and sealed for IR, vapour

phase and full immersion wave

soldering together with solvent board

washing process. Also available within

this range is the 3213 trimmer, the auto

adjust sister to the 3203 trimmer.

Characteristics - 
Electrical

Mechanical

Rotational Torque: 5mNm
Mechanical Adjustment: 250° Nom

Environmental

Temperature Range: -55°C to + 150°C
Rotational Life: After 100 cycles ∆R < ± 15%
Load Life: ∆R < 5% after 1000 hours
Sealing: For dip and wave solder, prior to adjustment

Resistance Range: 100R to 1M (1, 2, 5 in each decade)
Resistance Tolerance: ± 20%
Temperature Coefficient: ± 100ppm/°C at -65°C to +150°C
Operating Voltage: 15V DC or AC RMS maximum
Contact Resistance Variation: 5% of nominal maximum
Power Rating: 0.05 watts at 70°C
Effective Electrical Angle: 210° nom

How to Order

3203 X 102 P

Common Part

X – Terminals 1 & 3
away from

sprocket holes

Orientation
The first two digits are
signifigant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101
1K0: 102
10K: 103

Resistance Value Tolerance

3203 – Screwdriver Slot P - 25 %

Dimensions



Environmental

Temperature Range: - 20°C to 85°C
Temperature Storage: 500 hours at 70°C
Rotational Life: 20 cycles
Load Life: ∆R < 5% after 1000 hours
Sealing: Sealed for dip and wave solder until silicone

is removed
Soldering Heat: 250°C ±5°C for 5 ± 1 seconds
Humidity Load Life: ∆R ±5% after 500 hours at 95 RH under load
High Temperature Rise: ∆R ± 5% after 500 hours at 100°C

Mechanical

Rotational Torque: 2 to 20 mNm
Mechanical Adjustment: Continuous
Weight: 0.11 grams
Soldering Strength: Horizontal 500gf minimum

Vertical 500gf minimum

Literature No. 1773442-9
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Type 3204 Series

Key Features
■ Cermet Element

■ Suitable for Dip and Wave 
Soldering

■ Available in Standard
12mm Tape

■ Available from Stock

■ Small, Compact Size
(4mm Square)

■ Terminal Layout Stops
Solder Bridging

■ Smooth Top Assists 
Placement

Type 3204 Series

The 3204 miniature chip trimmer

incorporates the latest technology

developments and has been rigorously

tested to the highest standards.

Special attention during the design

of the product, ensures that

this component meets specific

requirements of hybrids and modern

surface mounting boards. It is fully

sealed until you are ready to trim, so it

is highly suitable for both dip and wave

soldering. It can then be resealed by

the use of rubber based lock paint.

Characteristics - 
Electrical

Resistance Range: 100R to 1M
Standard Resistance Values: 1, 2, 5 in each decade
Resistance Tolerance: ± 25%
Temperature Coefficient of Resistance: ± 250ppm / °C ( -30°C to 100°C)
Resistance Law: Linear
Maximum Operating Voltage: 50V DC or AC RMS maximum
Resolution: Essentially Infinite
Contact Resistance: <10R below 1K - <1% above 1K
Power Rating: 0.1W at 70°C (Derating to zero @ 100°C)
Effective Electrical Angle: 250° ± 20°

Dimensions Substrate Layout

How to Order

3204 X 502 P

Common Part

X - Terminals 1 and 3
away from the
sprocket holes

Orientation

The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 1K: 102
5K: 502

100K: 104

Resistance Value Tolerance

3204 - 4mm

Sealed Trimmer
P - 25 %
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SMD Trimmers

Type 3212 Series

Key Features
■ Tiny 2mm Square Size

■ Suited to Dip and Wave 
Solder

■ Latest Cermet Technology

■ Suitable for Solvent Washing

■ Delta Terminals Prevent
Solder Bridging

■ Super Thin - Only 1.7mm
High

■ Packed in Standard 12mm
Tape

Type 3212 Series

Consuming just 6.72 sq.mm of

board, the 3212 trimmer has been

developed specifically for a new

generation of hand held equipment,

where mixed technology and double

sided component placement are

unavoidable. These 2mm devices are

less than 2mm high and sealed for IR,

vapour phase and full immersion wave

soldering together with solvent board

washing process.

Characteristics - 
Electrical

Mechanical

Rotational Torque: 5mNm
Mechanical Adjustment: 250° Nom

Environmental

Temperature Range: -55°C to + 150°C
Rotational Life: After 100 cycles ∆R < ± 15%
Load Life: ∆R < 5% after 1000 hours
Sealing: For dip and wave solder, prior to adjustment

Resistance Range: 100R to 1M (1, 2, 5 in each decade)
Resistance Tolerance: ± 20%
Temperature Coefficient: ± 150ppm/°C
Operating Voltage: 50V DC or Power Rating, whichever is smaller
Contact Resistance Variation: 2% or 3Ω, whichever is greater
Power Rating: 0.1 watts at 70°C (Derating to zero @ 125°C)
Effective Electrical Angle: 240°
End Resistance: 1% or 2Ω, whichever is greater

How to Order

3212 X 102 M

Common Part

X – Terminals 1 & 3
away from

sprocket holes

Orientation
The first two digits are
signifigant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101
1K0: 102
10K: 103

Resistance Value Tolerance

3212 – 2mm
Sealed Trimmer M - 20 %

Dimensions
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Type 3213 Series

Key Features
■ Tiny 3mm Square Size

■ Suited to Dip and Wave 
Solder

■ Latest Cermet Technology

■ Suitable for Solvent Washing

■ Delta Terminals Prevent 
Solder Bridging

■ Super Thin - Only 2mm High

■ Designed for Auto Adjust

■ Packed in Standard 12mm 
Tape

Type 3213 Series

Consuming just 11.5 sq.mm of

board, the 3213 trimmer has been

developed specifically for a new

generation of hand held equipment,

where mixed technology and double

sided component placement are

unavoidable. These 3mm devices are

just 2mm high and sealed for IR,

vapour phase and full immersion wave

soldering together with solvent board

washing process. Also available

within this range is the 3203 trimmer.

Characteristics - 
Electrical

Mechanical

Rotational Torque: 5mNm
Mechanical Adjustment: 250°

Environmental

Temperature Range: -55°C to + 125°C
Rotational Life: After 100 cycles ∆R < ± 5%
Load Life: ∆R < 3% after 1000 hours
Sealing: For dip and wave solder, prior to adjustment

Resistance Range: 100R to 1M (1, 2, 5 in each decade)
Resistance Tolerance: ± 20%
Temperature Coefficient: ± 100ppm/°C at -65°C to +150°C
Operating Voltage: 15V DC or AC RMS maximum
Contact Resistance Variation: 1% of nominal maximum
Power Rating: 0.125 watts at 70°C (Derating to zero @ 125°C)
Effective Electrical Angle: 210°

How to Order

3213 X 102 M

Common Part

X – Terminals 1 & 3
away from

sprocket holes

Orientation
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101
1K0: 102
10K: 103

Resistance Value Tolerance

3213 – Auto Adjust M - 20 %

Dimensions



Environmental

ITEM TEST CONDITIONS ∆R/R
Operating Temperature: -55°C - +125°C -
Temperature Coefficient: 100ppm/°C maximum 100R to 2M -

250ppm/°C maximum 10R to 50R
Thermal Shock: -65°C - 125°C, 5 cycles (0.5 hrs) ≤ ± 2%
Humidity: -10°C  to +65°C 80 - 90% RH, ≤ ± 2%

10 cycles, 240 hours.
Shock: 100G, 6 directions, 3 times ≤ ± 1%
Vibration: 20G, 10 - 2000 Hz, 12 times. ≤ ± 1%
Soldering Heat: 260°C 10 secs / 215°C - 35 secs. ≤ ± 1%
Load Life: 70°C, rated power, 1000 hours. ≤ ± 3%
Low Temperature Operation: -55°C, 2 hours. ≤ ± 2%
High temperature Operation: 125°C, 250 hours. ≤ ± 3%
Rotational Life: 100 cycles ≤ ± (2 ohm+ 3%)
Seal Test: 85°C 1 minute No Leaks
∆R/R: Change in total resistance

Mechanical

Mechanical Angle: 240°
Operating Torque: 10mNm
Stop Strength: 30mNm
Weight: 3315/3316 - 0.12 grams  ~  3317 – 0.22 grams
Terminals: Solder Plated Copper Alloy
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SMD Professional Trimmers

Type 3315 Series

Key Features
■ Supplied on STD EIA 

Embossed Tape

■ Small Versatile Size

■ Sealed with an O-Ring

■ Suitable for Dip and Reflow 
Soldering

■ Ideal for Automatic 
Placement

■ Side Adjust Version Available

■ 0.25W at 70°C

■ Available in J Hook and
Gull Wing Styles

Type 3315 Series

This component is an ideal choice for

applications when miniaturisation is

essential. With a very small outline

package (5.0 x 4.5 x 2.3mm), it is

designed specifically for pick and

place equipment. This is probably the

ultimate in a sealed miniature

potentiometer eminently suited to

surface mounting and hybrid systems.

Special radial O ring seals and state

of the art materials permit circuit

adjustments and re-adjustments even

after wave soldering. The 3315 trimmer

is designed to withstand temperatures

up to 300°C hence providing

unparalleled safety margins,

regardless of the SMD process.

Characteristics - 
Electrical

Resistance Range: 10R to 2M 1, 2, 5 in each decade
Resistance Tolerance: ±20%
Power Rating: 0.25W at 70°C, (Derating to 0 at 125°C)
Resolution: Essentially infinite
Input Voltage: 200V dc or Power Rating, whichever is smaller
Wiper Current: 100mA
Electrical Angle: 210°
End Resistance: 1% or 2 ohms, whichever is greater
Contact Resistance Variation: 1% or 3 ohms, whichever is greater
Insulation Resistance: 500 V DC 1000M minimum
Dielectric Strength: 500V AC 1 minute

Dimensions - 
3315
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Type 3315 Series (continued)

3316

3317

3315 X 104 M

Common Part

X - Terminals 1 and 3
away from the
sprocket holes

Orientation
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101
1K: 102
10K: 103
100K: 104

Resistance Value Tolerance

3315 - J Lead Termination

3316 - Gull Wing
Termination

3317 - Side Adjust

M - 20 %

How to Order



Environmental

Soldering Heat: 260°C for 5 - 6 seconds, ∆R<±1%
Temperature Range: -65°C to +150°C
Temperature Coefficient: ±100ppm/°C
Humidity: -10°C – +65°C, 80 - 98% RH 10 cycles,

240 hours ∆R<±2%
Vibration: 20G ∆R<1%
Shock: 100G ∆R<±1%
Load Life: @ 85°C rated power 1000 hours TRS 2 ohms

or 2% (whichever is greater)
Rotational Life: 200 cycles ∆R<±3% or 3 ohms

(whichever is greater)
Thermal Shock: 5 cycles, -65°C to +150°C, ∆R<±2%

Mechanical

Mechanical Angle: 12 turns nominal
Operating Torque: 20 mNm maximum
Mechanical Stop: Wiper Idles
Weight: 0.2 gram approximately
Packaging: 500 pieces on 7" Reel (P Style)

250 pieces on 7" Reel (W Style)
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SMD Professional Trimmers

Type 3240 Series

Key Features
■ Full Ten Turns

■ Fully Sealed

■ Wave and Reflow Solder

■ Only 4mm Square

■ Flush Adjustment Screws

■ Top or Low Profile Styles

■ Tape and Reeled
(EIJ Std Reels)

■ Smooth Top - Good Pickup

Type 3240 Series

Tyco Electronics Components is

pleased to introduce this tiny (4mm

square) multiturn trimmer potentiome-

ter. The 3240 Series is designed with

a footprint meeting EIA and other

international board layout standards. It

is also compatible with all surface

mount manufacturing processes. It is

ideally suited to small sensors where its

10 turn setability and small size

enables it to stand out from most other

competitors.

Characteristics - 
Electrical

Resistance Range: 10R to 2M 1, 2, 5 in each decade
Resistance Tolerance: ±10%
Power Rating (300 volts maximum): 0.25Watts at 85°C, derating to 0 at 150°C
Absolute Minimum Resistance: 1% or 2 ohms, (whichever is greater)
Contact Resistance Variation: 1% or 3 ohms, (whichever is greater)
Resolution: Essentially infinite
Insulation Resistance: 1000 Meg ohms minimum at 500V DC
Dielectric Strength (Sea Level): 600 V AC (1 minute)
Electrical Angle: 10 turns nominal
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Type 3240 Series (continued)

3240P
Substrate Layout

Dimensions - 
3240W

Substrate Layout

How to Order

3240 W 102 K

Common Part

W – Top Adjustment

P – Side Adjustment

Orientation
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101
1K: 102
10K: 103
100K: 104

Resistance Value Tolerance

3240 – 4mm Multiturn
Trimmer K - 10 %



Environmental

Maximum Exposure Temperature/Time: +245°C  10 seconds
Power Rating (300 Volts maximum): 0.25 Watt at 85°C derating to zero at 150°C
Temperature Range: -65°C to 150°C
Temperature Coefficient of Resistance: ± 100ppm/°C maximum
Seal Test: 85°C fluorinert
Humidity: MIL STD 202 method 106

(2% ∆TR, IR 100 MW minimum)
Vibration: 30G (1% ∆TR % ∆VR)
Shock: 100G (1% ∆TR % ∆VR)
Load Life: ∆R 3% (1000 hours, 0.25 Watts at 85°C)
Mechanical Life: 200 cycles

Mechanical

Torque: 21 mNm maximum
Mechanical Stops: Wiper idles
Terminals: Solderable pins
Weight: 0.4 gram maximum
Mechanical Travel: 16 turns nominal
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SMD Professional Trimmers

Type 3270 Series

Key Features
■ Stable, Infinite Resolution 

Element

■ High Temperature 
Construction

■ 0.25 Watt Power Rating
at 85°C

■ Low Temperature Coefficient:
± 100ppm/°C

■ Vertical and Low Profile
Adjust Style

■ Sealed to Withstand Dip
and Wave Solder

■ Packaged in Plastic Tubes

Type 3270 Series

This is the surface mount version of the

popular Tyco Electronics Components

4270. Top adjust and low profile side

adjust versions are available in special

high temperature resistant packages.

This multi-turn device offers good

setability, infinite resolution and the

other specification features typical of

conventional trimmers yet now suitable

for s.m. applications.

Characteristics - 
Electrical

Resistance Range: 10R to 1M
Resistance Tolerance: ± 10% standard (closer tolerance available)
Absolute Minimum Resistance: 1% or 2 ohms maximum
Contact Resistance Variation: 3.0% or 3 ohms (whichever is greater)
Adjustability: Voltage ± 0.02% : Resistance ± 0.05%
Resolution: Infinite
Insulation Resistance: 500 VDC, 1000M minimum
Dielectric Strength: Sea level 600 VAC 80,000 feet 250 VAC
Electrical Travel: 12 turns nominal

Dimensions - 
3270P
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Type 3270 Series (continued)

Dimensions - 
3270W

The 3270W is supplied in tubes of 50 pieces

How to Order

3270 P 104 K

Common Part

P - Low Profile
Side Adjust

W - Top Adjust

Orientation
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 1K: 102
10K: 103
100K: 104

Resistance Value Tolerance

3270 - 6mm
Multiturn Trimmer K - 10 %

Substrate Layout - 
3270P 3270W
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Leaded Trimmers

Selection Guide

Choosing the right
Passives Device

VARIABLE
RESISTORS

SINGLE /
MULTI TURN

MULTI

SEALED SEALED

SINGLE

CERMET /
CARBON

CERMET CERMET CARBON

433

4270

4290

470

4265

4275

4295

N

416

446

409

CM10

PC910

PC911

CT6

CB10

CB15

CT15

Other parameters to be aware of:

Component Size
Power Rating Required

Pin Configuration
Voltage Rating

Temperature Coefficient
Resistance Tolerance

Current Rating
Ohmic Value Range

LEADED
TRIMMERS

SEALED

Y Y N
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Product Overview

AdjustmentSize Element Style Features Family Page

6mm sq Carbon Top,Side,Underside Low Cost CT6 192-193
6mm sq Cermet Top,Side,Underside Various Adjusters 416 194-195
6mm sq Cermet Top,Side,Underside Auto Insertion 446 196-197
6mm dia Cermet Top Fully Sealed 470 198
6mm sq Cermet Top,Side Fully Sealed 4265 199
6mm sq Cermet Top,Side Fully Sealed 4275 200-201

10mm rect Carbon Top,Side,Underside Plug In Actuators CB10 202-203
10mm rect Cermet Top,Side,Underside Plug In Actuators CM10 204-205
10mm rect Cermet Top,Side,Underside Various Adjusters 409 206-207
10mm sq Cermet Top,Side Fully Sealed 4295 208-209

15mm rect Carbon Top,Side,Underside Plug In Actuators CB15 210
15mm rect Carbon Top,Side,Underside Plug In Actuators CT15 211

6mm sq Cermet Top,Side Fully Sealed 4270 212-213
10mm sq Cermet Top,Side Fully Sealed 4290 214

19mm rect Cermet Side Fully Sealed 433 215
15mm dia Cermet Top,Finger High Power PC910 216

Tyco Electronics Components offers a comprehensive range of variable resistors and

potentiometers to satisfy the demands of circuit designers throughout the full spectrum

of industrial and professional markets.

A vast range of trimming potentiometers is readily available to suit all needs with

devices manufactured in a variety of technologies in conventional or SMD packages

from as small as 2mm square up to the traditional 10mm professional trimmer. The

packages include single-turn , multi-turn , semi sealed , fully sealed and skeleton

versions which represents a fully comprehensive range of solutions to all circuit

requirements.

■ Well Established Brand Name

■ Unequalled Comprehensive Range

■ Stable Cermet Elements

■ Economic Carbon Elements

■ Multi-turns For Precise Set-ability

■ Various Sealing Solutions

■ Custom Designs Welcome
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Key Features
■ Robust Enclosed Construction

■ Dust and Flux Proof 

■ New Resin Moulded Element

■ Space-Saving Device

■ Arrow Position Indicator

■ Top, Bottom and Side 
Adjustment Styles

■ Stable in High Humidity

Type CT6 Series

This miniature trimmer incorporates the

latest technology developments and

has been rigorously tested to the

highest standards.  Special Attention at

the design stage has created a new

resin moulded technology which is

ideally suited to high volume, low cost

applications in a range of consumer

and industrial markets. The CT6

trimmer is also available taped and

ammo packed for extra high-speed

insertion. The cross-slot head is

designed for automatic adjustment and

the CT6 trimmer can also be adjusted

from both sides.

Characteristics - 
Electrical

Mechanical

End Stop: 75mNm minimum
Starting Torque: 2 – 25mNm maximum
Mechanical Adjustment: 210° nominal
Terminal Strength: 5mNm (At PCB mounting surface)

Resistance Range: 100R to 1M
Resistance Values: 1, 2, and 5 in each decade
Resistance Tolerance: ± 30%
End Resistance: <3%
Maximum Wiper Current: 50 mA
Power Rating: 0.1 Watts at 50°C
Limiting Element Voltage: ≤ 500K 50V

> 500K 25V
Residual Resistance: <1K 1K – 2K >2K

30R maximum 60R maximum 3% maximum

Environmental

Temperature Range: -20°C to +70°C
Temperature Storage: -40°C to +75°C
Bump Severity: 4000 bumps; 40G
Vibration Severity: 10 - 55 Hz; 10G
Rotational Life: 100 cycles minimum
Load Life at 40°C: ∆R <10% after 1000 hours at 0.15W
Climatic Category: 25/70/21
Sealing: Dust and Flux proof
Resistance to Soldering Heat: 240°C to 280°C for 5 seconds maximum

280°C to 300°C for 3 seconds maximum
Resistance to Damp Heat (40°C ±2°C 90% - 95% RH): R <100K After 350 hours +15 %/–0 %

R >100K / < 1M After 350 hours +20 %/–0 %
Endurance under Damp Heat (40°C ±2°C 90% - 95% RH): R <100K After 350 hours 1.5 hours on

0.5 hours off +15 %
R >100K / < 1M After 350 hours 1.5 hours on
0.5 hours off +20 %

Endurance under High Temperature: 70°C ±3°C, After 250 hours +5%/-15%
Sealing: Dust and Flux proof

Derating Curve
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Dimensions
CT6V

CT6H

PCB Layout
CT6V CT6H

CT6 H 102 N

Common Part

H - Top / Bottom Adjust

V - Both Side Adjust

Orientation
The first two digits are
significant figures of

resistance value. The third
denotes the number of

zeros following.

e.g. 100R: 101
1K: 102

10K - 103
100K - 104

Resistance Value Tolerance

CT6 - 6mm Moulded
Trimmer N - 30 %

How to Order



Economy Trimmers

Type 416 Series

Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

194

Dimensions
416P

Key Features
■ Stable High Resolution 

Cermet Element

■ Space-Saving Device

■ 0.2 Watt Rating at 70°C

■ Wide Value Range

■ Available Taped for Auto 
Insertion

■ Dust and Splash Proof

■ Top or Side Adjustment

■ Auto Adjust Head Available

■ Widely Available via 
Distribution

Type 416 Series

This tiny 6mm square cermet trimmer is

offered with alternative adjustment

covers for screwdriver and automatic

setting and can be supplied in bulk or

taped in ammo pack. The 416 trimmer

can be adjusted from the top or side

and is an inexpensive solution to high

reliability potentiometer requirements.

This series is used to replace some of

the larger, expensive, sealed types in

high volume circuits.

Characteristics - 
Electrical

Mechanical

End Stop: 50 mNm minimum
Starting Torque: 30 mNm maximum
Mechanical Adjustment: 240° nominal
Operational Life: 100 turns

Environmental

Temperature Range: - 25°C to + 100°C
Load Life at 70°C: ∆R < 5% after 1000 hours
Sealing: Dust Proof
Climatic Category: 25/100/21

Resistance Range: 100R to 1M
Resistance Values: 1, 2, 5 in each decade
Resistance Tolerance: ± 25%, (±20% by selection)
End Resistance: 1% Nominal or 10 ohms maximum,

whichever is greater.
Wiper Current: 50mA
Power Rating: 0.2W at 70°C Derating to zero at 100°C
Limiting Element Voltage: 100V DC or AC RMS maximum
Rotational Noise (CRV): 3% maximum
Temperature Coefficient: ±250ppm/°C

416X
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Dimensions
416M

How to Order

416 X A 104 P

Common Part

P - Top Adjust
2.5mm x 5.0mm

M - Top Adjust
5.0mm x 5.0mm

X - Side Adjust
2.5mm x 5.0mm

Adjustment Style
/ Configuration

A - Cross Slot

R - Auto Adjust

X - Skeleton

Adjustment Head Resistance Value

416-6mm

Low Cost Trimmer

The first two digits are
significant figures of
resistance value and
the third denotes the

number of zeros
following.

e.g. 100R: 101
1K0: 102
10K: 103
100K: 104

Tolerance

P - 25%

(M - 20%
by selection only)

Please state top or side adjustments on all orders
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Economy Trimmers

Type 446 Series

Key Features
■ Stable High Resolution 

Cermet Element

■ Space-Saving Device

■ 0.3 Watt Rating at 70°C

■ Wide Value Range

■ Taped for Auto Insertion

■ Low Cost Solution

■ Dust and Splash Proof

■ Top or Side Adjustment

Type 446 Series

This tiny 6mm square cermet trimmer is

available on tape in ammo packs for

auto insertion. The 446 trimmer can be

adjusted from the top or the side and is

an inexpensive solution to high

reliability potentiometer requirements.

This series is used to replace some of

the larger, expensive, sealed types in

high volume circuits.

Characteristics - 
Electrical

Mechanical

End Stop: 50 mNm minimum
Starting Torque: 30 mNm maximum
Mechanical Adjustment: 240° ±10°
Operational Life: 50 turns

Resistance Range: 100R to 1M
Resistance Values: 1, 2, 5 in each decade
Resistance Tolerance: ± 30%
End Resistance: 2% or 10 ohms maximum, whichever is greater.
Wiper Current: 50mA
Power Rating: 0.3W at 70°C Derating to zero at 100°C
Limiting Element Voltage: 100V DC or AC RMS maximum
Rotational Noise (CRV): 3% maximum
Temperature Coefficient: ±250ppm/°C

Environmental

Temperature Range: - 25°C to + 100°C
Load Life at 70°C: ∆R < 5% after 1000 hours
Sealing: Dust Proof
Climatic Category: 25/100/21

Dimensions
446XT
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Economy Trimmers

Type 446 Series (continued)

Dimensions
446MT

How to Order

446 XT 104 N

Common Part

MT – Top Adjust

XT – Side Adjust

Adjustment Style
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101 
1K: 102
10K: 103
100K: 104

Resistance Value Tolerance

446 – 6mm
Cermet Trimmer N - 30 %
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Economy Trimmers

Type 409 Series

Key Features
■ Stable High Resolution 

Cermet Element

■ Rugged Construction

■ PCB Standoffs

■ Wide Value Range

■ 0.5 Watt Power Rating

■ High Reliability

■ Dust and Splash Proof

■ Auto Adjust Head Available

Type 409 Series

The 409 series offers typical Tyco

Electronics Components features,

the stability of a cermet resistive

element, and an attractive price. The

range satisfies many applications in

industrial and professional equipment.

Components are available with top,

underside, side, finger, auto and

skeleton adjustments. The 409 trimmer

is widely used in power supplies,

telecommunications, medical instru-

mentation and the automotive industry.

Characteristics - 
Electrical

Mechanical

End Stop: 50 mNm minimum
Starting Torque: 30 mNm maximum
Mechanical Adjustment: 260° nominal
Operational Life: 100 turns

Environmental

Temperature Range: - 25°C to + 100°C
Load Life at 70°C: ∆R < 5% after 1000 hours
Sealing: Dust Proof
Climatic Category: 25/100/21

Resistance Range: 100R to 1M (Linear)
Resistance Values: 1, 2, 5 in each decade
Resistance Tolerance: ± 20%
End Resistance: 2% Nominal
Wiper Current: 50mA maximum
Power Rating: 0.5W at 70°C derating to zero at 100°C
Limiting Element Voltage: 200V DC or AC RMS maximum
Rotational Noise (CRV): 3% maximum
Temperature Coefficient: ±250ppm/°C

Dimensions
409H

409V

How to Order

409 H A 104 M

Common Part

H - Top / Bottom
Adjust

V - Side Adjust

Adjustment Style

A - Phillips Slot

R - Auto Adjust

S - Finger Adjust

T - Minus Slot

X - Skeleton

Head Style Resistance Value

409

The first two digits are
significant figures of
resistance value and
the third denotes the

number of zeros
following.

e.g. 100R: 101
1K0: 102
10K: 103

Tolerance

M - 20%
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Professional Trimmers

Type 470 Series

Key Features
■ Stable High Resolution 

Cermet Element

■ 0.5 Watt Rating at 85°C

■ Space-Saving Device

■ Proven Reliability

■ -55°C to +125°C
Temperature Range

■ Sealed to Withstand Wave 
Soldering

■ Sealed to Withstand 
Immersion Cleaning

Type 470 Series

For applications that demand a

durable, miniature trimming

potentiometer, this military style offers

quality at the right price. Cermet

element technology ensures stability

and performance in these 6mm

diameter components. All units are fully

sealed to withstand immersion in

normal board washing solvents.

Characteristics - 
Electrical

Mechanical

End Stop: 40 mNm Min.
Starting Torque: 30 mNm Max.
Mechanical Adjustment: 260° Nominal
Weight: 0.57 gm Max.

Resistance Range: 100R to 1M
Resistance Values: 1, 2 and 5 in each decade
Resistance Tolerance: ± 10%
End Resistance: 2 Ohms or 1%, whichever is greater
Slider Current: 50 mA or within power rating, Max.
Power Rating: 0.5W at 85°C derating to zero at 125°C
Isolation Voltage: 300 V dc or ac peak
Limiting Element Voltage: 200 V dc or ac RMS, Max.
Breakdown Voltage: 600 V ac for one minute
Insulation Resistance: 1000 M Ohms at 500 V dc, Min.
Resolution: Essentially Infinite
Rotational Noise (CRV): 3 Ohms or 3 %, whichever is greater
Temperature Coefficient: ± 250 ppm/°C
Electrical Adjustment: 240° Nominal

Environmental

Temperature Range: -55°C to +125°C
Thermal Shock: 5 Cycles -55°C to +150°C
Bump Severity: 4000 Bumps; 40G
Vibration Severity: 10 - 500Hz; 30 G ∆R<1%
Rotational Life: 200 Cycles
Load Life at 70°C: 1000 Hours at 0.5 W
Sealing: Sealed for immersion & board washing processes
Climatic Category: 55/125/21

470 104 K

Common Part
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101 
1K: 102
10K: 103
100K: 104

Resistance Value Tolerance

470 K - 10 %

How to Order

Dimensions
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Environmental

Temperature Range: -25°C to +70°C
Temperature Storage: 1000 hours at 100°C
Rotational Life: 500 cycles, minimum

(10000 cycles-extended life versions)
Load Life at 40°C: ∆R <10% after 1000 hours
Sealing: Dust and Splash Proof
Climate Category: 25/70/21

Carbon Economy Trimmers

Type CB10 Series

Key Features
■ Low Cost

■ Robust Enclosed Construction

■ Spindle Adjust Versions

■ Flame Retardant

■ Arrow Position Indicator

■ Top, Bottom and Side
Adjust Styles

■ Stable in High Humidity

■ Edgewheel Operation Style

Type CB10 Series

Low price, versatility and stable envi-

ronmental characteristics are important

benefits of this product.  Featuring an

innovative carbon resistive element

printed on film in a fully enclosed

package, this potentiometer style is

normally chosen for a wide range of

applications in industrial, professional

and consumer equipment.

Characteristics - 
Electrical

Mechanical

End Torque: 50 mNm maximum
Starting Torque: 4 to 20 mNm
Mechanical Adjustment: 295° nominal 
Weight: 0.8 grams 

Resistance Range: 100R to 10M Linear , 1K to 1M Non-Linear
Resistance Values: 1, 2.2 & 4.7 in each decade
Resistance Tolerance: ± 20% (± 30% above 1 Megohms)
End Resistance: < 3%
Power Rating @ 40°C: 0.15 Watts (derating to zero at 70°C)
Maximum Voltage: Lin. 200V DC / Log. 150V DC
Rotational Noise (CRV): <5% of Rn nominal 
Temperature Coefficient: ±500 ppm/°C( < 100K ohms)
Slider Current: 50mA
Resolution: Essentially Infinite
Electrical Adjustment: 240° Nominal 1 Turn

Dimensions
CB10V

CB10H
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Carbon Economy Trimmers

Type CB10 Series (continued)

Adjustment Styles
L M K

Plug-in Accessories

How to Order Accessories
Prefix the above numbers with CB10.  i.e. CB105393

CB10 L H 102 M – –

Common Part

CB10 - 10mm
Cermet Trimmer

Adjustment Style

L - Arrow Head

M - Hex Centre

K - Cross Slot

Orientation

H - Vertical to PCB

V - Horizontal to PCB

Resistance Value
The first two digits are
signifigant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101 
1K0: 102
10K: 103
100K: 104

Tolerance

K - 10%
(Special)

M - 20%

N - 30%
(<1 Meg)

Law

- Linear

B - Log

C - Inv. Log

Features

- Standard

E - Extended Life

How to Order
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Cermet Economy Trimmers

Type CM10 Series

Key Features
■ Robust Enclosed Construction

■ Spindle Adjust Versions

■ Flame Retardant

■ Arrow Position Indicator

■ Top, Bottom and Side Adjust 
Styles

■ Stable in High Humidity

■ Edgewheel Operation Style

Type CM10 Series

The Cermet sister to the CB10 trimmer,

this low price, enclosed cermet

potentiometer offers excellent long-term

stability at a sensible price.

Tyco Electronics Components can offer

hexagon centres for a wide variety of

plug-in spindles, accessories and other

custom made parts.

The Tyco Electronics Components

CM10 trimmer is normally selected when

professional equipment requires high

reliability and stable potentiometers for

setting precise voltages.

Characteristics - 
Electrical

Resistance Range: 100R to 10M
Resistance Values: 1, 2.2 & 4.7 in each decade
Resistance Tolerance: ± 20% (± 10% available to order)
End Resistance: 2 ohms or 2% whichever is greater
Power Rating @ 40°C: 0.5 Watts (derating to zero at 100°C)
Maximum Voltage: 250V DC
Rotational Noise (CRV): <3% of Rn nominal or 3 ohms

(whichever is the greater)
Temperature Coefficient: ±200 ppm/°C < 100K ohms
Slider Current: 50mA
Resolution: Essentially Infinite
Electrical Adjustment: 240° Nominal 1 Turn

Environmental

Temperature Range: -40°C to +90°C
Temperature Storage: 1000 hours at 100°C
Rotational Life: 200 cycles, minimum
Load Life at 40°C: ∆R <10% after 1000 hours
Sealing: Dust and Splash Proof
Climate Category: 40/90/21

Dimensions
CM10V

CM10H

Mechanical

End Torque: 50 mNm maximum
Starting Torque: 4 to 20 mNm
Mechanical Adjustment: 295° nominal 1 Turn
Weight: 1.0 grams maximum
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Cermet Economy Trimmers

Type CM10 Series (continued)

CM10 L H 102 M –

Common Part

L - Arrow Head

M - Hex Centre

K - Cross Slot

Adjustment Style Orientation

CM10 - 10mm
Cermet Trimmer

H - Vertical to PCB

V - Horizontal
to PCB

Resistance Value

K - 10%
(Special)

M - 20%

N - 30%
(>1 Meg)

Tolerance Features
The first two digits

are significant figures
of resistance value.

The third digit
denotes the number
of zeros following.

e.g. 100R: 101 
1K0: 102
10K: 103
100K: 104

- Standard

E - Extended Life

How to Order

Adjustment Styles
L M K

Plug-in Accessories

How to Order Accessories
Prefix the above numbers with CB10.  i.e. CB105393
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Carbon Economy Trimmers

Type CB15 Series

Key Features
■ Low Cost

■ Robust Enclosed Construction

■ Spindle Adjust Versions

■ Flame Retardant

■ Arrow Position Indicator

■ Top, Bottom and Side
Adjust Styles

■ Stable in High Humidity

■ Edgewheel Operation Style

Type CB15 Series

Low price, versatility and stable

environmental characteristics are

important benefits of this product.

Featuring an innovative carbon

resistive element printed on film in a

fully enclosed package, this

potentiometer style is normally chosen

for a wide range of applications in

industrial, professional and consumer

equipment.

Characteristics - 
Electrical

Mechanical

End Torque: 100 mNm minimum
Starting Torque: 4 to 25 mNm
Mechanical Adjustment: 280° ±5°
Weight: 1.5 grams

Resistance Range: 100R to 4M7 Linear, 1K to 2M2 Non-Linear
Resistance Values: 1, 2.2 & 4.7 in each decade
Resistance Tolerance: ± 20% (± 30% above 1 Megohms)
Power Rating @ 40°C: 0.25 Watt Linear, 0.15 Watt Non Linear
Maximum Voltage: 300V DC Linear, 200V DC Non Linear
Rotational Noise (CRV): <5% of Rn nominal
Temperature Coefficient: <100 KΩ±500ppm; ≥100 KΩ±1000ppm
Resolution: Essentially Infinite
Electrical Adjustment: 240° ±20°

Environmental

Temperature Range: -25°C to +70°C
Rotational Life: 10,000 cycles
Load Life at 40°C: ∆R <10% after 1000 hours
Sealing: Dust and Splash Proof
Climate Category: IEC 293-1 Category 25/70/21

CB15 - V12

CB15 - H5

Dimensions
CB15 - V15



Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

205

Leaded
Trim

m
ers

Carbon Economy Trimmers

Type CB15 Series (continued)

Common Part

K - Cross Slot

L - Arrow Head

M - Hex Centre

N - Plug In

G - Plug In 90°

Adjustment Style Orientation /
Pin Pitch

CB15 - 15mm
Carbon Trimmer

H2 - 2.5mm

H5 - 5.0mm

V12 - 12.5mm

V15 - 15.0mm

V17 - 17.5mm

Resistance Value

K - 10%
(Special)

M - 20%

N - 30%
(<1 Meg)

Tolerance Law
The first two digits

are significant figures
of resistance value

and the third denotes
the number of zeros

following.

e.g. 100R: 101 
1K: 102
10K: 103
100K: 104

- Linear

B - Log

C - Inv. Log

How to Order
CB15 L H2 102 M B

L G N K M

Adjustment Styles

Plug-In Spindles / Edgewheels

Dimensions
CB15 - H2

Colour Part Number
White CB155147
Black CB155388
Red CB155391
Blue CB155390
Green CB155392
Yellow CB155389

Colour 13.1mm 17.5mm 19.5mm 24.3mm 26.3mm 28.5mm 34.0mm
White CB155137 CB155577 CB155242 CB155600 CB155499 CB155578 CB155450
Black CB155378 CB155241 CB155382 CB155243 CB155244 CB155245 CB155246
Red CB155379 CB155452 CB155385 CB155492 CB155475 CB155770 CB155491

CB15 - V17
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Carbon Economy Trimmers

Type CT15 Series

Key Features
■ Robust Enclosed Construction

■ Spindle Adjust Versions

■ Flame Retardant

■ Arrow Position Indicator

■ Top, Bottom and Side Adjust 
Styles

■ Stable in High Humidity

■ Edgewheel Operation Style

Type CT15 Series

Low price, versatility and stable

environmental characteristics are

important benefits of this product.

Featuring an innovative carbon

resistive element printed on film

in a fully enclosed package, this

potentiometer style is normally chosen

for a wide range of applications in

industrial, professional and consumer

equipment.

Characteristics - 
Electrical

Mechanical

End Torque: 100 mNm minimum
Starting Torque: 4 to 25 mNm
Mechanical Adjustment: 265° ±5°
Weight: 1.3 grams

Resistance Range: 100R to 4M7 Linear, 1K to 2M2 Non-Linear
Resistance Values: 1, 2.2 & 4.7 in each decade
Resistance Tolerance: ± 20% (± 30% above 1 Megohms)
Power Rating @ 40°C: 0.25 Watt Linear, 0.12 Watt Non Linear
Maximum Voltage: 300V DC Linear, 200V DC Non Linear
Rotational Noise (CRV): <5% of Rn nominal
Temperature Coefficient: <100 K ±500ppm; ≥100 K ±1000ppm
Resolution: Essentially Infinite
Electrical Adjustment: 250° ±20°

Environmental

Temperature Range: -25°C to +70°C
Rotational Life: 10,000 cycles
Load Life at 40°C: ∆R <10% after 1000 hours
Sealing: Dust and Splash Proof
Climate Category: IEC 293-1 Category 25/70/21

CT15-V12

CT15-H5

Dimensions
CT15-V15



Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

207

Leaded
Trim

m
ers

Carbon Economy Trimmers

Type CT15 Series (continued)

Common Part

K - Cross Slot

L - Arrow Head

M - Hex Centre

N - Plug In

G - Plug In 90°

Adjustment Style Orientation /
Pin Pitch

CT15 - 15mm
Carbon Trimmer H5 - 5.0mm

V12 - 12.5mm

V15 - 15.0mm

Resistance Value

K - 10%
(Special)

M - 20%

N - 30%
(<1 Meg)

Tolerance Law
The first two digits

are significant figures
of resistance value

and the third denotes
the number of zeros

following.

e.g. 100R: 101 
1K: 102
10K: 103
100K: 104

- Linear

B - Log

C - Inv. Log

How to Order
CT15 L H5 102 M B

Colour Part Number
White CB155147
Black CB155388
Red CB155391
Blue CB155390
Green CB155392
Yellow CB155389

Colour 13.1mm 17.5mm 19.5mm 24.3mm 26.3mm 28.5mm 34.0mm
White CB155137 CB155577 CB155242 CB155600 CB155499 CB155578 CB155450
Black CB155378 CB155241 CB155382 CB155243 CB155244 CB155245 CB155246
Red CB155379 CB155452 CB155385 CB155492 CB155475 CB155770 CB155491

L G N K M

Adjustment Styles

Plug-In Spindles / Edgewheels
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Professional Trimmers

Type 4265 Series

Key Features
■ High Resolution Stable 

Cermet Element

■ Compact 6mm Size

■ Fully Sealed Construction

■ 0.5 Watt Rating at 70°C

■ Flame Retardant

■ P.C.B. Standoffs

■ Robust Construction

■ Vertical or Horizontal 
Adjustments

■ Available on Tape

Type 4265 Series

A tiny, fully sealed, professional single

turn trimmer with a range of pin

configurations. The 4265 trimmer is

available with top or side adjustment

and pin configurations that meet the

majority of requirements. 

The cermet element is very stable and

has good setability. A high quality

modern trimmer at a very attractive

price. Of particular interest will be the

4265 LT and UT versions supplied on

radial tape for automatic insertion.

Characteristics - 
Electrical

Mechanical

End Stop: 50 mNm minimum
Rotational Torque: 20 mNm maximum
Mechanical Adjustment: 250° nominal
Weight: 0.55 gram nominal
Solderability: MIL Std 202 Method 208A

Resistance Range: 10 ohms to 2M ohms
Resistance Values: 1, 2, and 5 in each decade
Resistance Tolerance: ± 20%
End Resistance: 3 ohms or 1% of total resistance
Slider Current: 50 mA or within power rating, Max.
Power Rating, Watts: 0.5 at 70°C derating to zero at 125°C
Dielectric Withstand: 500 V RMS for 1 minute
Max. Input Voltage: 200 V dc or ac RMS, Max.
Insulation Resistance: 1000 M Ohms (Min.) at 500 V dc
Resolution: Essentially infinite
Rotational Noise (CRV): 3 ohm or 3%, whichever is greater
Electrical Adjustment: 220° Nominal

Environmental

Temperature Range: -55°C to +125°C
Temperature Storage: 250 Hours. at 125°C
Thermal Shock: 5 Cycles - 55°C to 125°C
Shock: Medium Impact
Vibration Severity: 10-2000 -10Hz 20 minutes
Rotational Life: 100 Cycles minimum
Sealing: Sealed for Board Washing (85°C Florinert)
Climatic Category: 55/125/21
Humidity: MIL - Std - 202G Method 103 (96 hours)
Temperature Coefficient: See graph below

Temperature Coefficient
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Type 4265 Series (continued)

Dimensions
4265P

4265X

4265LT

4265H

4265V

4265UT

How to Order

4265 UT 502 M

Common Part

P - Top Adjust
H - Top Adjust
X - Side Adjust
V - Side Adjust

UT - Top Adjust (Taped)
LT - Side Adjust (Taped)

Pin Configuration

The first two digits are
signifigant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 1K: 102
5K: 502

100K: 104

Resistance Value Tolerance

4265 M - ±20 %
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Environmental

Temperature Range: -55°C to +125°C
Temperature Storage: 250 hrs. at 125°C
Thermal Shock: 5 cycles -55°C to 125°C
Bump Severity: 4000 bumps 40G
Vibration Severity: 10 - 500 Hz, 30G
Rotational Life: 200 cycles, minimum
Load Life at 70°C: ∆R <3% after 1000 hours.
Sealing: Sealed for board washing
Soldering Heat: 5 seconds at 350°C
Climatic Category: 55/125/21

Professional Trimmers

Type 4275 Series

Key Features
■ High Resolution Stable 

Cermet Element

■ Only 6mm Square

■ Vertical or Horizontal 
Adjustment

■ 0.5 Watt Rating at 70°C

■ Choice of Pin Configuration

■ Rugged Construction

■ Flame Retardant

■ Supplied in Firm Plastic 
Tubes

Type 4275 Series

A tiny, fully sealed, professional

trimmer offered with a range of pin

configurations. The 4275 trimmer is

available with top or side adjustment.

Standard packaging is in tough plastic

tubes. The cermet element is very

stable and has good setability.

A high quality modern trimmer at an

attractive price. The product is

designed for use in small size

professional equipments and boasts

performance well beyond its price.

Characteristics - 
Electrical

Mechanical

End Stop: 40 mNm, minimum
Starting Torque: 30 mNm, maximum
Mechanical Adjustment: 1 turn - 260° Nominal
Weight: 0.6 gm Nominal

Resistance Range: 100R to 2M
Resistance Values: 1, 2 and 5 in each decade
Resistance Tolerance: 10%
End Resistance: 10 ohms or 1% whichever is greater
Power Rating: 0.5W at 70°C derating to zero at 125°C
Isolation Voltage: 300 V dc or ac peak
Limiting Element Voltage: 220 V dc or ac RMS, maximum
Insulation Resistance: 1000 M at 500 V dc, minimum
Rotational Noise (CRV): 3 Ohms or 2%, whichever is greater
Electrical Adjustment: 1 turn - 240° Nominal
Temperature Coefficient: ± 250ppm/°C

Dimensions
4275P 4275X

How to Order

4275 P 104 K

Common Part

P - Top Adjust

X - Side Adjust

Pin/Adjustment Style
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101
1K0: 102
10K: 103
100K: 104

Resistance Value Tolerance

4275 K - 10 %



Environmental

Temperature Range: -55°C to +125°C
Thermal Shock: 5 Cycles -55°C to +125°C
Temperature Coefficient: ± 250ppm/°C
Shock: 100g
Vibration Severity: 10 - 500Hz; 10g (0.75mm or 98m/s2)
Rotational Life: 200 Cycles
Load Life at 85°C: ∆R <2% after 1000 hours
Sealing: Sealed for board washing
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Type 4270 Series

Key Features
■ High Resolution Cermet 

Element

■ Reliable, Quality 
Performance

■ Choice of Adjustment Styles

■ 0.25 Watt Rating at 70°C

■ Low Temperature Coefficient

■ Space-Saving Size

■ Fully Sealed for Board 
Washing

Type 4270 Series

Small modern and reliable, this is

a range of 6mm square multiturn

trimming potentiometers well suited

to industrial and professional

applications. For stability, the range

has a cermet resistance element. The

trimmer is actuated by a lead screw

with slipping clutch at each end of

travel. Components from this range are

available with various adjustment

configurations. They are all fully sealed

to withstand immersion in normal board

washing solvents.

Characteristics - 
Electrical

Mechanical

End Stop: Slipping clutch action, wiper idles
Starting Torque: < 21mNm
Mechanical Adjustment: 14 turns, nominal
Weight: 0.4gm maximum

Resistance Range: 50R to 2M
Resistance Values: 1, 2 and 5 in each decade
Resistance Tolerance: ± 10%
End Resistance: 2 Ohms or 1% whichever is the greater.
Slider Current: 50 mA maximum.
Power Rating: 0.25W at 70°C derating to zero at 125°C
Isolation Voltage: 300 V dc or ac peak maximum
Limiting Element Voltage: 250 V dc or ac RMS maximum
Breakdown Voltage: 420 VAC
Insulation Resistance: 1000 M at 500 V dc
Resolution: Essentially Infinite
Rotational Noise (CRV): 3 Ohms or 3 %, whichever is greater maximum.
Electrical Adjustment: 12 ± 1 turns

Dimensions

How to Order

4270 W 502 K

Common Part

W - Top Adjust

X - Side Adjust

Pin Layout
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 1K: 102
5K: 502

100K: 104

Resistance Value Tolerance

4270 K - ±10 %
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Professional Trimmers

Type 4295 Series

Key Features
■ High Resolution Cermet 

Element For Stability

■ Enclosure Sealed

■ 0.5 Watt Rating at 85°C

■ Flame Retardant

■ P.C.B. Standoffs

■ Robust Construction

■ Vertical or Horizontal 
Adjustments Available

■ Finger Adjustment Available

Type 4295 Series

These long established 10mm square,

single turn potentiometers will meet

a wide range of industrial and

professional applications. Cermet

element technology ensures stability

and reliability. This P.C.B. mounted

package has easy top or side

adjustment, or finger adjust styles.

All components are sealed to withstand

printed circuit board washing solvents.

Characteristics - 
Electrical

Mechanical

End Stop: 40 mNm Min.
Starting Torque: 35 mNm Max.
Mechanical Adjustment: 300° Nominal
Weight: 0.85 gm Nominal
Solderabilty: MIL Std 202 Method 208A

Resistance Range: 100R to 2M
STD Resistance Values: 1, 2 and 5 in each decade
STD Resistance Tolerance: ± 10%
End Resistance: 2Ohms or 1% whichever is greater
Slider Current: 100 mA or within power rating, Max.
Power Rating, Watts: 0.5 at 85°C derating to zero at 125°C
Isolation Voltage: 300 V dc or ac peak
Limiting Element Voltage: 220 V dc or ac RMS, Max.
Breakdown Voltage. (Sea Level): 900 V ac for one minute
Insulation Resistance: 1000 M Ohms at 500 V dc, Min.
Resolution: Essentially Infinite
Rotational Noise (CRV): 3 Ohms or 2 % min.
Temperature Coefficient: ± 250 ppm/°C, Max.
Electrical Adjustment: 280° Nominal

Environmental

Temperature Range: -55°C to +125°C
Temperature Storage: 250 Hrs at 125°C
Thermal Shock: 5 Cycles -55°C to +125°C
Bump Severity: 4000 Bumps; 40G
Vibration Severity: 10 - 500Hz; 30 G
Rotational Life: 200 Cycles, Min.
Load Life at 70°C: ∆R < 3% after 1000 Hrs. at 0.5 watts
Sealing: Sealed for board washing (85°C Florinert)
Climatic Category: 55/125/56
Humidity: MIL - Std – 202G Method 103 (96hrs)

Dimensions
4295P
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Type 4295 Series (continued)

4295X
Dimensions
4295M

How to Order

4295 P 104 K

Common Part

M – Top Adjust
5mm x 5mm

MF – Finger Top Adjust
5mm x 5mm

P – Top Adjust
5mm x 2.5mm

X – Side Adjust
5mm x 2.5mm

Pin Configuration
The first two digits are
signifigant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101 
1K: 102
10K: 103
100K: 104

Resistance Value Tolerance

4295 K - 10 %

4295MF
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Professional Trimmers

Type 4290 Series

Key Features
■ High Stability Cermet 

Element

■ 0.5 Watt Rating at 70°C

■ Slim Profile Assists Stacking

■ Top & Side Adjustment
Styles Available

■ Flame Retardant Case

Type 4290 Series

Where size and reliability are critical,

this range of 10mm square multiturn

trimming potentiometers satisfies the

requirements in industrial and

professional applications.

The cermet resistance element offers

stability and high resolution. The trim-

mer is actuated by a lead screw with a

slipping clutch at each end of travel.

Top or side adjustment components

are available and pin configurations

meet the majority of requirements. All

units are fully sealed to withstand

immersion in board washing solvents.

Characteristics - 
Electrical

Mechanical

End Stop: Slipping clutch both ends
Starting Torque: 35 mNm
Weight: 0.8 gram, approx.

Resistance Range: 10R to 2M
Resistance Values: 1, 2 and 5 in each decade
Resistance Tolerance: ± 10%
End Resistance: 2 ohms or 1% whichever is greater
Slider Current: 100 mA DC or AC, maximum
Power Rating: 0.5 Watts at 70°C derating to zero at 125°C
Isolation Voltage: 430 V DC or AC peak
Limiting Element Voltage: 300 V DC or AC RMS, maximum
Breakdown Voltage: 900 V AC for one minute
Insulation Resistance: 1000 M at 500 V DC, minimum
Resolution: Essentially Infinite
Rotational Noise (CRV): 3 Ohms or 1 %, whichever is greater
Temperature Coefficient: ± 250 ppm/°C, maximum
Electrical Adjustment: 25 turns

Environmental

Temperature Range: -55°C to +125°C
Temperature Storage: 1000 Hrs at 125°C
Thermal Shock: 5 Cycles -55°C to +125°C
Bump Severity: 4000 Bumps; 40 G (3mm or 390m/s2)
Vibration Severity: 10 - 500Hz; 20 G
Rotational Life: 200 Cycles
Load Life at 85°C: ∆R <3% after 1000 hours
Sealing: Sealed for board washing
Climatic Category: 55/125/21

How to Order

4290 W 502 K

Common Part

W - Top Adjust

X - Side Adjust

Y - Top Adjust

Pin Configuration
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 1K: 102
10K: 103
100K: 104

Resistance Value Tolerance

4290 K - ±10 %

10.0

Dimensions
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Type 433PW Series

Key Features
■ Stable Infinite Resolution

■ High Performance

■ Wiper Idles at End Stop

■ Rugged Construction

■ Fully Sealed

■ Panel Mount Available

Type 433PW Series

When you need a durable trimming

potentiometer, these 19mm rectilinear

styles offer quality performance at a

competitive price. They feature a

cermet element for stability and

resolution and are available in two

formats. Type 433 PW will withstand all

recognised board-washing solvents

and can be offered with panel mount

for external adjustment.

Characteristics - 
Electrical

Mechanical

End Stop: Slipping Clutch Both Ends
Starting Torque: 35mNm maximum
Weight: 1.4 grams maximum

Resistance Range: 10 Ohms to 2M Ohms
STD Resistance Values: 1, 2 and 5 in each decade
STD Resistance Tolerance: ± 10%
End Resistance: 2 Ohms or 1% of total resistance,

whichever is greater
Slider Current: 100 mA or within power rating maximum
Power Rating, Watts: 0.75 at 70°C derating to zero at 125°C
Isolation Voltage: 500 V dc or ac peak
Input Voltage: 400 V dc or ac RMS maximum
Breakdown Voltage: 1000 V ac for one minute
Insulation Resistance: 1000 M ohms at 100 V ac minimum
Resolution: Essentially Infinite
Rotational Noise (CRV): 1 Ohm or 1 % of total resistance,

whichever is greater
Temperature Coefficient: ± 250 ppm/°C maximum
Electrical Adjustment: 15 Turns Nominal

Environmental

Temperature Range: -55°C to +125°C
Temperature Storage: 1000 Hrs at 125°C
Thermal Shock: 5 Cycles -55°C to +125°C
Vibration Severity: 10 - 500Hz; 20G (0.75mm or 98m/s2)
Rotational Life: 200 Cycles
Load Life at 70°C: ∆R < 4% after 1000 Hours
Sealing: Sealed for Board Washing
Climatic Category: 55/125/21
Shock: 50G

How to Order

433 PW 104 K

Common Part

PW – PCB Mount

PM – PCB Mount
with Panel Mount

Pin/Adjustment Style
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R: 101 
1K: 102
10K: 103
100K: 104

Resistance Value Tolerance

433 K - 10 %

Dimensions
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Type PC910 Series

Key Features
■ Stable High Resolution 

Cermet Element

■ Proven Reliability

■ 1 Watt Power Rating at 40°C

■ Resistant to Most PCB 
Washing Solvents

■ Tag Solderability to BS2011 
Part 2.1 TA 

■ Wiper Position Indicator

■ Special Log Laws Available

■ Replaces the MP Series

Type PC910 Series

Specify the PC910 series, offering a

number of quality features. This series

is ideal for use in many types of

professional and industrial equipment,

the components have a higher power

rating and offer the stability and

reliability that come with cermet element

technology. The finger adjust styles are

widely used in v.d.u. brightness

controls and as stable adjustment

potentiometers in temperature control

and timing applications.

Characteristics - 
Electrical

Mechanical

Std. Resistance Range & Laws: 47 Ohms to 2M2 (Linear)
1 K Ohm to 1 M Ohm (Non-Linear)

Resistance Values: 1, 2.2 and 4.7 in each decade
(2 & 5 also available to order)

Selection Tolerance: ± 20% (tighter by request)
Rated Dissipation at 40°C: 1 Watts (Linear); 0.5 Watts (Log)
Limiting Element Voltage: 315 V DC or AC
Electrical Rotation: 240° nominal
Rotational Noise: (C.R.V.) 5 ohms or 5% of total resistance maximum 

whichever is greater

Environmental

Dimensions
PC910

PC911

Starting Torque: 30 mNm maximum
Mechanical Rotation: 270°
End Stop Torque: 90 mNm minimum

Limits of Resistance Change: 3% (after 1000 hours endurance)
Temperature Characteristics of Resistance (20°C to 70°C): 0.75%
Climatic Category: 40/100/21
Mechanical Endurance: 200 operations minimum

How to Order

PC910 102 M A

Common Part
The first two digits are
signifigant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 1K: 102 
10K: 103
100K: 104

Inductance Value

K - ±10%

M - ±20%

Tolerance Law

PC910 - Screwdriver Adjust

PC911 - Finger Adjust

A - Linear

B - Stepped Log

We will advise a multidigit Tyco Electronics Part Number against this description
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Potentiometers & Rheostats

Selection Guide

Choosing the right
Passives Device

VARIABLE
RESISTORS

SINGLE /
MULTI TURN

MULTI SINGLE

WA

Other parameters to be aware of:

Component Size
Power Rating Required

Pin Configuration
Voltage Rating

Temperature Coefficient
Resistance Tolerance

Current Rating
Ohmic Value Range

5930

5940

WIRECARBON

LC1

MC1

CERMET

12C

MCU

PC908

WIRE

RW

TW

CARBON

23/24

25/26

27/28

29

31/32

33/34

35/36

37/38

51/53

54/56

55/61

CP16

PC510

POLYMER

17P

CS9

PC610

WIRE

BFA

SLIDER /
POTENTIOMETER /

RHEOSTAT

SEALED SEALED SEALEDSEALEDSEALEDSEALEDSEALED

N N Y N N N N N

SLIDER RHEOSTAT

POTENTIOMETER

CARBON /
CERMET / POLYMER /

WIRE
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Potentiometers & Rheostats

Product Overview

Tyco Electronics Components offers a comprehensive range of variable resistors and

potentiometers to satisfy the demands of circuit designers throughout the full spectrum

of industrial and professional markets.

Control potentiometers ranging in size from 9mm conductive plastic devices up to 3

watt wire wound controls have evolved over the last 25 years as the Citec brand has

grown to become first choice for electronic design engineers. These controls are

represented here in their more standard styles and configurations but they can be

customised to satisfy individual customer specifications. 

■ Well Established Brand Name

■ Unequalled Comprehensive Range

■ Stable Cermet Elements

■ Economic Carbon Elements

■ Multi-turns For Precise Set-ability

■ Various Sealing Solutions

■ Custom Designs Welcome

AdjustmentSize Element Style Features Family Page

9mm sq Carbon Metal Shaft Compact CS9 220
9mm sq Carbon Plastic Shaft Economy Compact PC610 221
16mm sq Carbon Plastic Shaft Push Switch 17P 222-223
16mm sq Carbon Plastic Shaft Fully Insulated CP16 224-225

16mm rect Carbon Metal Shaft Switch Version 51 226-228
16mm dia Carbon Plastic Shaft Multi-Gang Options 31 230-232
20mm dia Carbon Plastic Shaft Multiple Options 23 234-236
13mm dia Cermet Metal Shaft Sealed LC1 238
19mm dia Cermet Metal Shaft Sealed MC 239

23-40mm dia Wirewound Metal Shaft High Power RW 240
23mm dia Wirewound Metal Shaft 1 Watt Dissipation TW 241
19mm dia Wirewound Metal Shaft Long-Life Multiturn 5930 242
19mm dia Wirewound Metal Shaft Multiturn 5940 243

Various n/a n/a Suits 5930 and 5940 DIALS Accessories 244-245
14mm dia Carbon Edgewheel Lin and Non-Lin PC510 246
18mm dia Cermet Edgewheel Lin and Non-Lin PC908 247
30-60mm Carbon Plastic Lever Dual Gang WA 248-249

450mm rect Wirewound Plastic Lever Box Enclosed BFA 250



Endurance

Rotational Life: 10,000 turns  ∆R <15%
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Key Features
■ Small Convenient Size

■ Range of Resistance Laws

■ Detents Available

■ Wide Range Available

■ Dual Gang & Switches
to Order

■ Rugged Metal Spindle/Bush

Type CS9 Series

A compact, fully enclosed, modern

PCB potentiometer being only 9mm

square and suitable for use in small

instruments, the audio industry and a

range of applications where board

space is at a premium. The metal shaft

and diecast bush, provide long

mechanical life and mechanical

strength. Offered in both linear and

audio law, with centre detent option,

alternative shafts, multi-sections and

switches to order.

Characteristics - 
Electrical

Mechanical

Angle of Rotation: 300° ± 5°
Switch Operating Angle: 50° maximum
Rotational Torque: 2-15 mNm at room temperature of 20°C
Switch Torque: 40 mNm
Stop Strength: 500 mNm
Shaft Push-Pull Strength: 10 kgf for 10 ±1 seconds
Shaft Wobble: Within 0.3L/30mm when 1 kgf - cm moment

is applied, perpendicular to the axis of the shaft.
Mounting Nut Tightening Strength: 12 kgf 
Terminal Strength: 500gf 

Nominal Resistance Range: 5K to 250K
Resistance Tolerance: ± 20%
Power Rating (Watts): Linear law - 0.05W
Voltage Rating: Non-linear law - 0.025W

√ Power x Resistance
Insulating Resistance: ≥ 50 Meg ohms between terminal and case.
Withstand Voltage: 300V AC, applied between terminal and case

for 1 minute.
Noise: 100mV maximum (Ref. JIS C5261)
Switch Type: SPST - off at CCW end
Switch Rating: 3A 12V DC

Dimensions

CS9 A S 15 B 502 C

Common Part

CS9 - 9mm
Control Pot

Number of Sections

A - Single Gang
B - Dual Gang
C - Triple Gang
D - Quad Gang
AS - Single plus

Switch
BS - Dual plus Switch

Shaft Style

S - Slotted

F - Flatted

P - Serrated

Shaft Length

15 - 15mm FMF

20 - 20mm FMF

25 - 25mm FMF

Resistor Law

A - Linear

B - Log

Resistor Value
The first two digits are
significant figures of
the resistance value.

The third digit denotes
the number of zeros

following:
e.g. 5K - 502

20K - 203
100K - 104

Detent Style

N - No Detent

C - Centre Detent

F - 41 Detents

How to Order
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Key Features
■ Stable High Resolution 

Element

■ Space Saving Size
(Only 9.5mm Wide)

■ Offered in Linear and
Non-Linear Laws

■ Vertical or Horizontal 
Mounting

■ Choice of Shaft Style

■ PCB Standoffs

■ Simple One Piece Style

Type PC610 Series

Tyco Electronics Components specifica-

tion in polymer technology gives this

small single turn potentiometer stability,

reliability and long life. For use in

industrial and consumer applications,

this component offers durability and

quality performance and is available

with top or side mounting versions with

alternative shafts. 

The PC610 potentiometer is an ideal

component in toys, games, computer

brightness and contrast and most suited

to similar large volume applications

where the completely automated

manufacture allows attractive prices to

be achieved. The PC610 potentiometer

is often used without a control knob with

the splined tip protruding from the facia.

The PC610 potentiometer is available

with or without centre detent.

Characteristics - 
Electrical

Mechanical

Resistance Range: 500 Ohms to 500K Ohms
Resistance Values: 1,2 and 5 in each decade
Resistance Laws available: Linear and Non Linear
Resistance Tolerance: ± 20%
End Resistance: 2% Nominal
Slider Current: 50mA
Power Rating, Watts: 0.08W at 50°C Linear. 0.05W at 50°C Non-Linear
Maximum Working Voltage: 20Vdc or ac RMS, Max.
Insulation Resistance: 50 M Ohms Min at 250 Vdc
Rotational Noise (CRV): 20 Ohms or 3% whichever is greater
Temperature Coefficient: 5%

Environmental

End Stop: 20mNm
Rotational Torque: 1 - 15mNm
Mechanical Adjustment: 1 Turn - 280°C ±10%
Soldering: 300°C (maximum 3 seconds)
Weight: 3 grams approximate.

Temperature Range: -20°C to 70°C
Temperature Storage: 1000 Hrs at 70°C
Bump Severity: 4000 Bumps; 20G
Vibration Severity: 10 - 500Hz; 10G
Rotational Life: 5,000 Operations minimum
Load Life at 50°C: ∆R < +10% -15% after 500 hours

PC610 H 104 B M 20

Common Part

H - 10mm Mounting
Height Shaft parallel

to PCB

HA - 12.5mm
Mounting Height

Shaft parallel to PCB

V - Shaft at 90° to
PCB

Orientation Resistance Value
PC610 - No Detent

PC611 - With
Detent

PC612 - Special
Mounting Height

(6.5mm)

The first two digits are
significant figures of
resistance value and
the third denotes the

number of zeros
following.

e.g. 1K: 102 
5K: 502

100K: 104

Resistance Law

F - Flatted

K - Knurled

M - Pointer

N - Plain

P - Phillips Slot

S - Serrated

Shaft Style Shaft Length

A - Linear

B - Log

C - Inverse Log

(S)20 - 20mm Serrated

(S)30 - 30mm Serrated

(S)35 - 35mm Serrated

(F)15 - 15mm Flatted

(P)15 - 15mm Slotted

(K)30 - 30mm Knurled

How to Order

Dimensions
PC610H

PC610V
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Spindle Operated Potentiometers

Type 17P Series

Key Features
■ Polymer Thick Film Element

■ Switch Versions Available

■ Dual Gang Version Available

■ High Reliability

■ Small Versatile Size

■ All Plastic Body

■ Plastic Spindle

■ Flame Retardant

Type 17P Series

Specify the type 17P for applications

where high insulation resistance and

voltage proof are key requirements.

The materials used in the all plastic

body and spindle construction are

UL approved making it an ideal

component for domestic appliances

and control systems where safety is of

prime importance.

This popular low cost potentiometer is

suitable for industrial and professional

applications.

A range of approved switches can be

added to the rear of the potentiometer,

to produce rotary or push-push action

mains switches.

Characteristics - 
Electrical

Resistance Range: 1K to 1M (Linear), 4K7 to 470K (Non-Linear)
Resistance Value: 1, 2.2 and 4.7 in each decade
Resistance Tolerance: ± 20% (10% by selection)
Rated Dissipation at 20°C: 0.25W (Linear), 0.125W (Non Linear)
Limiting Element Voltage: 350 V dc or ac RMS
Electrical Rotation: 267° without switch, 232° with switch
Terminal Resistance: 5 ohms, maximum
Noise (ENR): 2% maximum (Linear), 3% maximum (Non Linear)
Insulation Resistance: 4G Ohms, minimum
Voltage Proof: 1KV ac Peak

Mechanical

Operating Torque: 15 mNm maximum
Mechanical Rotation: 300° nominal
End Stop Torque: 350 mNm maximum

Environmental

Limits of Resistance Change: 15% (after 1000Hrs. Endurance)
Temperature Characteristics of Resistance: 5% (20°C to 70°C)
Bump Severity: 390m/s2, 4000 Bumps
Vibration Severity: 10 - 500Hz, 0.75 mm or 98M/s2

Climatic Category: 25/70/04
Mechanical Endurance: 10000 Operations (minimum)

Switch

B & D A & E P
Switch Type: 1 Amp 4 Amps 10 Amps

Current/Voltage Rating: 1.0A - 24 Volts DC 10A - 12 Volts DC 10A - 250 Volts AC

0.3A - 250 Volts AC 4A - 250 Volts AC

On/Off Torque: 40 mNm maximum 40mNm maximum Life - 25,000 cycles minimum

Initial Contact Resistance: 20 milliohms 20 milliohms Proof Voltage - 3KV minimum

Contact Gap: 3mm 3mm
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Spindle Operated Potentiometers

Type 17P Series

Dimensions
Single Potentiometer

Rotary Switch PCB Layout

Potentiometer PCB Layout

Push-Push Switch PCB Layout

How to Order

17PE S A 102 M B 25 N

17PC - P.C.

17PE - Eyelet

Common Part
A - Linear

B - Log

C - Inv. Log

Resistor Law

M - 20%

K - 10%

Tolerance
FMF in mm

25mm Standard
Minimum Shaft Length
with P Style Switch is

19mm

Shaft Length

S - Standard Single

X - Customer Special

D - Standard Dual

Product Identification
The first two digits are

significant figures of the
resistance value and the

third one denotes the
number of zeros following.

e.g. 4K7: 472
47K: 473
470K: 474

Resistance Value
A - Plain 6mm

B - Slotted 6mm

C - Flatted (5mm A/F)

D - Flatted (4mm A/F)

E - Plain 4mm

F - Flatted 6mm
(4.6mm A/F)

Shaft Style
A - DPST 4A/250V AC

B - SPST 1A
D - DPST 1A
E - SPST 4A

N - No Switch
P - Push Push SPDT 10A
P Switch only available on

Single Gang Styles

Switch Details

Dual Potentiometer Single Switched Potentiometer

L* - Standard Shaft Length 35mm

All Dimensions given from
Component Side
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Spindle Operated Potentiometers (Carbon)

Type CP16 Series

Switch Specifications

Nominal Current: 1A, 250 VAC
Contact Resistance: 10 milli ohms
Operating Torque: 10 to 30mNm
Operating Angle: 30° ± 5°
Test Voltage: 500 V

Key Features
■ High Reliability

■ Small Versatile Size

■ All Plastic Body

■ Plastic or Metal shaft styles

■ Switch Types Available

■ Multiple Sections Available

■ Flatted, Serrated Shaft 
Available

Type CP16 Series

Specify the type CP16 for applications

where high insulation resistance and

voltage proof are key requirements.

The materials used in the all-plastic

body and spindle construction make it

an ideal component for domestic

appliances and control systems where

safety is of prime importance.  This

popular low cost potentiometer is

suitable for industrial and professional

applications.

Characteristics - 
Electrical

Mechanical

End Torque: 400 mNm maximum
Operating Torque: 5 to 25 mNm maximum
Mechanical Adjustment: 300° ± 5°
Maximum Torque to Nut: 800 mNm 

Resistance Range: 100R to 4M7 Linear, 2K2 to 2M2 Non-Linear
Resistance Values: 1, 2.2 & 4.7 in each decade
Resistance Tolerance: ±20% (>1M ± 30%) - ±10% by selection
Power Rating @ 40°C: 0.2 Watts Linear  -  0.1 Watts Non-Linear
Limiting Element Voltage: 250  Volts dc (Linear), 125 Volts dc (Non Linear)
Electrical Rotation: 260° ± 20°
Terminal Resistance: 5 ohms, maximum ≤0.1% (2 ohms, minimum) 
Noise (ENR): ≤3% (3 ohms minimum)
Insulation Resistance: 4G ohms, minimum
Resolution: Essentially Infinite
Voltage Proof: 1KV ac peak

Environmental

Electrical Life: ∆R± 5% (1000 hours 0.2 Watts @ 40°C)
Mechanical Life: 25,000 operations
Operating Temperature: -25°C to +70°C
Temperature Coefficient: ± 300ppm/°C (Rn <100K ohms)
Thermal Cycling: ∆R± 2.5% (16 hours  85°C, 2 hours @ -25°C)
Damp Heat: ∆R± 5% (500 hours @ 40°C +95% RH)
Vibration: ∆R± 2% (2 hours @ 20g - 10Hz ~50 Hz)

Dimensions
CP16SH10IP06*

CP16SH10CP06*
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Type CP16 Series

CP16DH10IP6*…I

Dimensions 
CP16SH10IP6*…I

CP16SV10IP6*…

Shaft Styles
M04/M4

P06/P6

R06/R6

F06/F6

CP16S H10 I P06 102 – – –

Common Part

H10 – Horz. M10
Bush

V10 - Vert. M10
Bush

Style / Bush Terminals

CP16S – Single

CP16D - Dual

I – PCB

C – Eyelet

Shaft Type
The first two digits are
significant figures of

resistance value.
The third denotes

the number of
zeros following.

e.g. 100R: 101 
1K: 102
10K: 103
100K: 104

Resistance Value Law

P06/P6
Standard

M04/M4
Metal 4mm

F06/F6
Flatted 6mm

R06/R6
Round 6mm

- – Linear

B – Log

C – Inverse Log

- – Standard

K - 10%

Tolerance Switch

- – No Switch

I – Switched

How to Order



Switch - 1000 Hrs at 0.5 W

Contact Resistance: < 20 milliohm initial
Rating: 3.5 Amp @ 14.4 VDC
Contact Configuration: SPST Off @ CCW E
On/Off Torque: 30 mNm maximum
Operational Angle: 30° maximum
Electrical Rotation: 50° to 295°
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Snap-In Shafts and Edgewheels -
For Standalone Modules

The diagram illustrates the snap-in part of a plastic actuator which can be used to rotate the Series 51 Standalone mod-
ule. Consult MEC Citec Sales Action Desk for details on our full custom knob and shaft capabilities. We will for example
be pleased to quote for moulding your shaft and knob as a single snap-in component, subject to suitable volumes being
available.

Spindle Operated Potentiometers

Type 51 Series

Key Features
■ Choice of Shafts and 

Edgewheels

■ SPST Switch Style

■ Available in Distribution

■ Automatic Machine Insertable 
Modules

■ Eyelet or PC Terminations

■ Linear and Non-Linear Laws

■ Multi Gang Versions 
Available

Type 51 Series

The Type 51 Series from Tyco

Electronics Components offers a small,

high quality potentiometer system. You

can choose a standalone module or a

conventional bush potentiometer with

shaft. Advanced carbon polymer

element technology potentiometers

with or without switches are available to

meet your every requirements.

Characteristics - 
Electrical

Mechanical

Angle of Rotation: 300° ± 2°
Rotational Torque: 10 mNm maximum
Stop Strength: 400 mNm maximum
Rotational Life: 25,000 cycles

Resistance Range
Linear Law: 470 Ohm to 4.7 Megohm
Log Law: 2.2K Ohm to 470K Ohm
Tolerance: ± 20% (tighter by selection)
Power Rating
Linear Law: 0.2 Watt @ 40°C (Derating to zero @ 100°C)
Log Law: 0.1 Watt @ 40°C (Derating to zero @ 100°C)
Operating Voltage
Linear Law: 350 VAC or 500 VDC maximum
Log Law: P maximum x R nominal
Load Life: ∆R< 10% after 1000 hours @ 70°C
Rotational Life: ∆R< 10% @ 15,000 cycles
CRV (Linear Law): ∆R< 1%
Isolation Voltage: 500 V dc
Insulation Resistance: > 100 Megohm

Environmental

Storage Temperature: - 40°C to 85°C
Operating Temperature: - 25°C to 70°C
Humidity: < 15% ∆R RH 75% @ 35°C
Temperature Coefficient: ± 500 PPM/°C @ -25 to 70°C
Climatic Category: 25/070/10
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Type 51 Series

Accessory Options -
For Standalone Modules

At the date of publication the following mould tools exist for plug in accessories:
5904620111 - Shafts 60 mm long x 6 mm diameter with knurl end and screwdriver slot colour black
5904620101 - Shafts 30 mm long x 6 mm diameter with knurl end and screwdriver slot colour black
5904620091 - Shafts 20 mm long x 6 mm diameter with knurl end and screwdriver slot colour black
5904620081 - Shafts 10 mm long x 6 mm diameter with knurl end and screwdriver slot colour black
5904620121 - Edgewheel for horizontal modules 25mm diameter colour black.

Thumbwheel Actuating Devices

Dimensions - Single Module
Type 51 Horizontal Type 53 Vertical

Type 54 No Switch Type 56 with Switch

H - 10mm or 12.5mm to choice L - 5mm or 8mm to choice
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Spindle Operated Potentiometers

Type 51 Series

Type 55 Dual Section Type 61 Triple Section

Panel Hole Data - Potentiometers with Bushes
Required Mounting Holes in Chassis

Spindle Options
Potentiometers with Bush

H - 10mm or 12.5mm to choice L - 5mm or 8mm to choice
Type 61 has the same general dimensions as Type 55

L - We can offer any length up to 30mm, (20mm x 4mm Shafts) with or without flats or slots in metal.
Plastic plug-in shafts shown on previous page

For Single and Dual Gang Potentiometers with
Mounting Bush M7 x 0.75mm.

Fix Potentiometer with Mounting Nut Supplied.
Max. Torque for tightening - 1 Nm
Thickness of Mounting Plate - 1mm

51 102 A 4 20 PL

Common Part
The first two digits

are significant
figures of the

resistance value
and the third one

denotes the
number of zeros

following.

e.g. 4K7: 472
47K: 473
470K: 474

Value Resistance Law

51
53
54
55
56
61

A - Linear

B - Log

C - Inverse Log

Shaft Diameter

20 - 20mm
30 -30mm

Shaft Length Spindle Style

4 - 4mm
6 - 6 mm

PL - Plain
FL - Flatted

How to Order
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Spindle Operated Potentiometers

Type 31 Series

Key Features
■ Versatile Design can be 

Customised to Suit Your 
Requirements

■ SPST Switch Style

■ Low Cost Twist Tab Model

■ PC Mounting Bracket

■ Insulated Shafts Up To 50mm

■ Non Linear Laws

■ Available with Choice of Bush 
Styles

■ Eyelet or PC Terminations

Type 31 Series

Tyco Electronics Components will

customise these neat 16mm diameter

control potentiometers to suit your

requirements. They comprise a printed

carbon resistance element with 0.25 W

current handling and are available with

various bush, termination and spindle

styles.

As an additional feature, the range

includes a twist tab design with

mounting bracket applications for

use where low price is an important

consideration.

Characteristics - 
Electrical

Mechanical

Operating Torque: 15 mNm, Max.
Mechanical Rotation: 270° Nominal
End Stop Torque: 350 mNm, Max.

Environmental

Limits of Resistance Change: 15% (After 1000 hours endurance)
Temperature characteristics of 5%
resistance ( 20°C to 70°C ):
Bump Severity: 390m/s2, 4000 Bumps
Vibration Severity: 10 - 500 Hz, 0.75mm or 98m/s2

Climatic Category: 8 days @ 36°C 82% RH DR < 15%
Mechanical Endurance: 15000 Operations ( Min )

DIY Design

The 31 Series can be customised to suit your individual requirements with features such as detent action,
track centre tap etc.
Please call our technical sales team to discuss variations on these 16mm diameter devices.

Resistance Range (Law): 1K Ohm to 1M Ohm Linear
4K7 to 470K (Non Linear)

Resistance Values: 1, 2.2 and 4.7 per decade
Resistance Tolerance: ± 20% (± 10% by selection)
Rated Dissipation at 40°C: 0.25W (Linear), 0.125W (Non Linear)
Limiting Element Voltage: 350Vdc or ac RMS
Electrical Rotation: 267° NOM without switch, 240° NOM with switch
Terminal Resistance: 5 Ohms, Max.
Noise (ENR): 2% Max. (Linear), 3% Max. (Non Linear)
Insulation Resistance: 4 G Ohms Min.
Voltage Proof: 500 Vac peak

Resistance Laws

A - Linear
B - Log
C - Inverse Log
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Type 31 Series

Type 32

Type 34 Type 35

Type 36

Multi Ganged Types

Switched Types

Dimensions
Type 31
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Spindle Operated Potentiometers

Type 31 Series

How to Order

31 E X A 104 M W B 25 B

Potentiometer Type

S- Standard

X - Customer Special
See Drawing

(provide copy with order)

Customer Identity

The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 4.7K Ohms: 472
22K Ohms: 223
100K Ohms: 104

Resistance Value Bush Details

FMF in mm

Standard Lengths are
15, 20, 25 and 50mm

Shaft Length

Termination Style

A - Linear

B - Log

C - Inv. Log

Resistor Law

K - 10%

M - 20%

Resistance Tolerance Shaft Style

A - DPST - Demko
approved 4A/250V AC

B - SPST - Eyelet
Termination

C - DPDT - Changeover
Switch

D - DPST - Eyelet
Terminations on rear

T - SPST - PC Push Switch

Switch Details

31 - Std Spindle Style

32 - No Bush
Mtg Bracket

33 - Spindle with Integ
Knurled Knob 4mm

State Colour

34 - Rev Mount with
mounting pin and PC
terminals swept down

to board 

35 - Rev Mount with
PC Terminals swept down

to board.
No terminal on case

36 - Forward mount with
PC pins swept forward

to parallel to shaft

37 - Dual gang style single
shaft same value / tol on

each section

38 - Single Spindle Pot
with centre detent

E - Std Eyelet
P - Std PC 12.5mm MH
R - Long PC 15mm MH

X - Extra long for
rear PC Mtg

S - PC bend forward at 90°

N - Black plastic 8mm
A/F - M10 with 4mm hole

P -Diecast M7 x 6mm
4mm hole

S - Diecast M10 x 8mm
6.35mm hole

T - Diecast M7 x 9mm
4mm hole

U - No Bush

V - Diecast M10 x 8mm
6mm hole

W - Black plastic M10
8mm M10 6mm hole

A - Plain 6mm

B - Slotted 6mm

C - Flatted 6mm
(5mm A/F)

D - Flatted 6mm
deep flat 4mm A/F

E - Plain 4mm

F - Full 6.35mm flat - 
special angle

G - Flatted 4mm

H - Plain 6.35mm

J - Flatted 6.35mm
(4.6mm A/F)
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Spindle Operated Potentiometers

Type 23 Series

Key Features
■ Versatile design can be

customised to suit your 
requirements

■ 0.4 Watt at 40°C

■ Die Cast Metal Bush
Available

■ Insulated Bush Available

■ Insulated Shafts up to 50mm

■ Eyelet or PC Terminations

■ Rugged Construction

■ Mounting Bracket

■ Audio Laws Available

■ Dual Gang and Dual
Concentric Styles

Type 23 Series

A popular range of 20mm control

potentiometers, the type 23 series can

be tailored to suit more specific

requirements. The potentiometers are

available with printed carbon

resistance element, choice of bush

lengths in metal or plastic and

insulated shafts up to 50mm in length.

In addition, approved mains and low

current switches are available as

standard options.

Characteristics - 
Electrical

Mechanical

Operating Torque: 15 mNm maximum
Mechanical Rotation: 300°
End Stop Torque: 800 mNm maximum

Environmental

Limits of Resistance Change: 15% (After 1000 hours endurance)
Temperature Characteristics of Resistance: 5% ( -55°C to 125°C )
Bump Severity: 390m/s2, 4000 Bumps
Vibration Severity: 10 - 500 Hz, 0.75mm or 98m/s2

Climatic Category: 8 days @ 36°C 82% RH R < 15%
Mechanical Endurance: 15000 Operations (minimum)

DIY Design

The 23 Series can be customised to suit your individual requirements with features such as detent action,
track centre tap etc.
Please call our technical sales team to discuss variations on these 20mm diameter devices.

Resistance Range (Law): 1K to 1M (Linear)
4K7 to 470K (Non Linear)

Resistance Values: 1, 2.2 and 4.7 per decade
Resistance Tolerance: ± 20% (± 10% by selection)
Rated Dissipation at 40°C: 0.4W (Linear), 0.2W (Non Linear)
Limiting Element Voltage: 500V DC or AC RMS
Electrical Rotation: 267° without switch, 232° with switch
Terminal Resistance: 5 Ohms maximum
Noise (ENR): 2% maximum (Linear), 3% maximum (Non Linear)
Insulation Resistance: 4G minimum
Voltage Proof: 1000 V AC peak

Dimensions
Type 23 Type 24
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Type 23 Series

Dimensions (continued)
Type 25 Type 26

Type 27

Type 29

Type 28

Switched Types
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Spindle Operated Potentiometers

Type 23 Series

How to Order

23 E X A 104 M L B 22 A

Potentiometer Type

S- Standard

X - Customer Special
See Drawing

(provide copy with order)

D - Special Cut
and Mtd track

Customer Identity
The first two digits are
significant figures of

resistance value and the
third denotes the number

of zeros following.

e.g. 100R Ohms: 101
4.7K Ohms: 472
22K Ohms: 223
100K Ohms: 104

Resistance Value Bush Details

FMF in mm
i.e. 22mm

Shaft Length

Termination Style

A - Linear

B - Log

C - Inv. Log

Resistance Law

M - 20%

K - 10%

Resistance Tolerance Shaft Style
A - DPST 4A/250V AC

B - SPST - Eyelet
Termination

C - DPDT - Changeover
Switch

D - DPST - Eyelet
Terminations

N - No Switch

T - SPST - PC Terminals

Switch Details

23 - Std Spindle Style

24 - Standard 20mm with
Mounting Bracket

25 - No Bush - Mounting
Bracket Terminations swept

forward parallel to shaft

26 - PC Terminations swept
down to board for rear

mounting

27 - Dual gang style single
shaft same value / tol on

each section

28 - PC Terminations swept
forward parallel to shaft

29 - Dual Concentric style

E - Std Eyelet

P - Std PC 15mm MH

R - Long PC

X - Extra long PC

S - PC bend forward at 90°

L - Diecast M10 x 9mm
no location lug, 6mm hole

W - Diecast M10 x 9mm
with locator, 6mm hole

Y - Diecast M10 x 9mm
no locator, 4mm hole

M - Diecast 3/8” x 8mm
with location lug, 6.35mmhole

K - Diecast 3/8” x 8mm
no locator, 6.35mm hole

P -Diecast M7 x 6mm
no locator, 4mm hole

S - Insulated M10 x 7mm
6mm hole

T - Insulated M10 x 10mm
6mm hole

U - No Bush

F - Diecast 3/8” x 12mm
6.35mm hole

G - Diecast 3/8” x 8mm
no locator, 4mm hole

A - Plain 6mm

B - Slotted 6mm

C - Flatted 6mm
(5mm A/F)

D - Flatted 6mm
deep flat 4mm A/F

E - Plain 4mm

F - Full 6.35mm flat - 
special angle

G - Flatted 4mm

H - Plain 6.35mm

J - Flatted 5.5mm

L - Flatted 6mm
(4.6mm A/F)

N.B. Where a potentiometer is rear mounting then the
SHAFT LENGTH is measured from the PCB to the tip of
the shaft whether or not it is fitted with a mounting bush.
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Spindle Operated Potentiometers

Type LC1 Series

Key Features
■ Rugged Terminations

■ Panel Sealed

■ Designed To Mil Standard

■ Proven Reliability

■ 1W Rating at 70°C

■ Low Noise

■ Cermet Element

■ Rugged Terminations

Type LC1 Series

A very popular range is this 13mm

diameter spindle operated potentiome-

ter family. The LC1 Series has a cermet

resistance element.  This technology

provides excellent electrical and

thermal stability, reliability, low noise

and long life, to meet most

professional or military applications for

small size potentiometers. Recent

changes have meant that the LC type

is no longer released to BS CECC

specification.

Characteristics - 
Electrical

Mechanical

Resistance Values and Law: 100R to 1M Linear
Selection Tolerance: ± 10%
Rated Dissipation at 70°C: 1W
Limiting Element Voltage: 315V DC
Isolation Voltage: 450V DC
Electrical Rotation: 260°
Terminal Resistance: <50 Ohms
Noise (ENR): 3% maximum
Insulation Resistance: >5 G Ohms
Voltage Proof: 630V AC peak

Environmental

Limits of Resistance Change: ± 3% (after 1000 hours)
TCR (20°C to 70°C): <0.75%
Bump Severity: 390m/s2, 4000 Bumps
Vibration Severity: 10 – 500Hz, 0.75mm or 98m/s2

Climatic Category: 55/125/56
Mechanical Endurance: 25000 Operations minimum

Dimensions

Starting Torque: 5 -20 mNm
Mechanical Torque: 295° ± 5°
End Stop Torque: >225 mNm

Approvals
The LC1 meets military specifications similar to MIL-R-94C style RV6 and MII-R-23285 style REC6.

How to Order

LC1 – 10K – 10% – 16mm – PL

Common Part
100R

220R

470R

1K

2K2

4K7

10K

22K

47K

100K

220K

470K

1M

Resistance Value

10%

20%

Tolerance Spindle Length

LC1 - Spindle
Operated

Potentiometer

i.e 16mm
1 1/2”

Spindle Style

PL - Plain

SL - Slotted

FL - Flatted



How to Order

MCU – 10K – 10% – 1” – PL

Common Part
100R

220R

470R

1K

2K2

4K7

10K

22K

47K

100K

220K

470K

1M

2M2

Resistance Value

10%

20%

Tolerance Spindle Length

MCU - Enclosed 
MCI - Sealed

Spindle Operated
Potentiometer

i.e 16mm
1 1/2”

Spindle Style
PL - Plain

SL - Slotted

FL - Flatted

DR - Drilled
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Potentiom
eters &

 Rheostats
Spindle Operated Potentiometers

Type MC Series

Key Features
■ Cermet Element

■ Proven Reliability

■ 2W Power Rating

■ Strong Construction

■ Sealed to Military Standard

■ Panel Sealed (MC1)

■ Rugged Terminations

Type MC Series

This is one of Tyco Electronics

Component’s most popular ranges and

is available with cermet resistance

elements. This choice means that

components offer excellent electrical

and thermal stability, reliability, low noise

and long life which makes them most

suitable for the majority of professional

applications.

The MC Series is used in the Tornado

Project and is the standard single turn

general purpose panel control used for

most military applications in the UK and

in Europe.

Characteristics - 
Electrical

Mechanical

MC1 MCU
Element Technology: Cermet Cermet
Std. Resistance Range: 100 Ohms to 2M2 10 Ohms to 1M Ohm
Law: Linear Linear
Resistance Values: 1,2,2 and 4.7 in each decade 1,2,2 and 4.7 in each decade
Selection Tolerance: ± 10% ± 10%
Rated Dissipation at 70°C: 2W 2W
Limiting Element Voltage: 315 Vdc 315 Vdc
Isolation Voltage: 450 Vdc 450 Vdc
Electrical Rotation: 210° 210°
Terminal Resistance: < 3 Ohms < 3 Ohms
Noise (E.N.R.): 3% Max. 3 Ohms or 3%
Insulation Resistance: > 5 G Ohms > 1 G Ohms
Voltage Proof: 630 V ac peak 630 V ac peak

Dimensions MC1/MCU Wire Terminations

Starting Torque: < 85 mNm < 40 mNm
Mechanical Rotation: 270° 270°
End Stop Torque: 800 mNm 800 mNm

Environmental

Limits of Resistance Change: 3% (after 1000 hrs) 3% (after 1000 hrs)
Temperature Coefficient: 0.5% 0.75%
Bump Severity: 390 m/s2, 4000 bumps 245 m/s2, 4000 bumps
Vibration Severity: 10-500 Hz 98 m/s2 10-150 Hz 98 m/s2

Climatic Category: 55/125/56 55/125/21
Mechanical Endurance: 25000 operations Min. 25000 operations Min.
Sealing: Panel sealed Fully enclosed

Type
Standard Spindles

Plain Slotted Drilled
MC1 25 16, 20, 25 25
MCU 25 16, 20, 25 25

Standard Spindles
Slotted Drilled

1.53 Deep Hole 3.18, Dia. 5.08
x 1.53 Wide From End of Spindle
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Spindle Operated Potentiometers

Type RW Series

Key Features
■ Wirewound Elements

■ Proven Reliability

■ Excellent Linearity

■ 3W Rating at 40°C in 
Wirewound

■ Robust Construction

■ Range of Shaft Styles

■ Custom Designs Possible

Type RW Series

This high power wire wound

potentiometer is a recent addition to the

Tyco Electronics Components range.

The RW series offers a range of shaft

styles, 1 and 3 Watt power ratings,

low terminal resistance and excellent

linearity. For a rugged high power control

potentiometer at a very attractive price -

the RW Series will satisfy your

requirements.

Characteristics - 
Electrical

RW1 RW3
Element Technology: Wirewound
Resistance Range: 10R to 100K (Linear) 10R to 25K (Linear)
Resistance Values: 1, 2 & 5 in each decade
Selection Tolerance: 10% Standard, ± 5% By Request
Linearity: 2% maximum
Rated Dissipation at 40°C: 1W 3W
Maximum Working Voltage: 250V DC 500 V DC
Electrical Rotation: 285° nominal 275° nominal
Terminal Resistance: 0.2R or 0.02% whichever is greater
Noise (E.N.R.): 100R maximum
Insulation Resistance: > 5 Gig Ohms
Voltage Proof: 630V AC peak

Dimensions
RW1 RW3

How to Order

RW 3 102 K A

Common Part

1 - 1 Watt at 70°C

3 - 3 Watts at 70°C

Power Dissipation
The first two digits

are significant figures
of resistance value and

the third denotes
the number of zeros

following.

e.g. 100R: 101 
1K0: 102
10K: 103
100K: 104 

Resistance Value Tolerance

RW - Wirewound
Potentiometer 

J - ±5% (special)

K - ±10% (standard)

Shaft Style
A – 6.35 x 25mm Plain

B – 6.35 x 68mm Full Flat
C – 6.35 x 19mm Slotted
D - 6.35 x 38mm Slotted
E – 6.35 x 16mm Slotted

Mechanical

Starting Torque: <70 mNm < 85 mNm
Mechanical Rotation: 295° nominal 285° nominal
End Stop Torque: 500 mNm minimum 800 mNm minimum
Standard Shaft Lengths: 25mm - Others By Special Request

Environmental

Operating Temperature: -40°C to +70°C
Limits of Resistance Change: 3% (after 1000 hrs)
Temperature Coefficient: 100ppm/°C
Bump Severity: 390 m/s2, 4000 bumps
Vibration Severity: 10 - 500 Hz, 98m/s2

Climatic Category: 40/070/21
Mechanical Endurance: 2000 operations
Sealing: Fully enclosed
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Potentiom
eters &

 Rheostats
Wirewound Spindle Operated Potentiometers

Type TW Series

Dimensions

Key Features
■ Wirewound Element

■ Proven Reliability

■ Excellent Linearity

■ 1 W Rating at 40°C

■ Robust Construction

■ Custom Designs Possible

This high power wire wound

potentiometer is a recent addition to the

Tyco Electronics Components range.

The TW series offers 1 Watt power rating,

low terminal resistance and excellent

linearity. For a rugged high power control

potentiometer at a very attractive price

the TW Series will satisfy your

requirements.

Characteristics - 
Electrical

Resistance Range: 5R0 to 20K (Linear)
Resistance Values: 1, 2 and 5 in each decade
Resistance Tolerance: 10%
Linearity: 2% maximum
Rated Dissipation at 40°C: 1 W
Maximum Working Voltage: 200V DC
Electrical Rotation: 265° ±5°
Terminal Resistance: 2 ohms
Maximum Wiper Current: 100mA
Insulation Resistance: 1000M Ohms at 500V DC
Voltage Proof: 1000V AC

Mechanical

Shaft Torque: 3.5 - 100 mNm
Mechanical Rotation: 285° ±5°

Environmental

Operating Temperature: -55°C to +125°C
Temperature Coefficient: 100ppm/°C
Mechanical Endurance: 10,000 operations
Sealing: Enclosed

Type TW Series

How to Order

TW 1 102 K A

Common Part

1 - 1 Watt at 40°C

Power Dissipation
The first two digits

are significant
figures of resistance
value and the third

denotes the number
of zeros following.

e.g. 100R: 101 
1K0: 102
10K: 103
100K: 104

Resistance Value Tolerance

TW - Wirewound
Potentiometer K - ±10%

Shaft Style

A - 6.35 x 25mm
Plain
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Panel Potentiometers

Type 5930 Series

Key Features
■ Less Than 3/4" Required 

Behind Panel

■ High Performance at
Low Cost

■ Rugged Mechanical 
Construction

■ Sealed Option for Board 
Washing

■ Metal or Plastic 
Shaft/Bushing

■ 3 & 5 Turn Options Available

■ 6mm Metric Shaft Version 
Available

Type 5930 Series

This precision 10 turn potentiometer

has been developed to satisfy a wide

range of applications where high

resolution and low temperature

coefficient and fine linearity are of

particular importance. Tyco Electronics

Components invite opportunities for

custom design of this product where

the quantities are suitable. With a

power rating of 2W at 70°C and

<0.25% linearity this multiturn

potentiometer is an important addition

to the wide range of professional

approved spindle operated poten-

tiometer products on offer from Tyco

Electronics Components.

Characteristics - 
Electrical

Mechanical

Operating Temperature Range: -55°C to +125°C
Temperature Coefficient: 50ppm/°C maximum
Vibration: 15G
Wiper Bounce: 0.1 milliseconds maximum
Shock: 50G 0.1ms maximum
Load Life MIL - R - 12534: 1000 hours ∆R 2% maximum

Resistance Range: 100R - 100K
Resistance Tolerance: ± 5%
Linearity (Independent): ± 0.25%
Effective Electrical Angle: 3600° + 10° - 0°
Absolute Minimum Resistance: ± 1%
Noise: 100 ohms ENR maximum
Power Rating @ 40°C: 2.0 Watts derating to 0 at +125°C
Dielectric Strength: 2000V AC
Insulation Resistance 500V: 1000M minimum

Environmental

Mechanical Angle: 3600° +15° -0°
Shaft Runout: 0.003" TIR
Lateral Runout: 0.008" TIR
Pilot Diameter Runout: 0.003" TIR
Shaft End Play: 0.010" TIR
Shaft Radial Play: 0.005" TIR
Rotational Life: 1,000,000 revolutions
Stop Strength: 42.0 Ncm minimum
Torque (Starting and Running): 0.56 Ncm maximum unsealed/1.0 Ncm sealed
Weight: 21 grams approximately
Terminals: Solder Lugs
Mounting Torque: 17 - 20 mNm

5930 S A 104 J S

Common Part

S - Single Section

D - Dual Section

No. of Sections Identifier Ref.

5930 - 10 Turn

A - Standard

F - Sealed

X - See Customer
Drawing

Resistance Value

J - 5%

Tolerance Shaft Options
The first two digits

are significant figures
of resistance value

and the third denotes
the number of zeros

following.

e.g. 500R: 501 
1K: 102
10K: 103
100K: 104

(Dim B x A)

R - 1/8” shaft
x 17.5mm FMF

M - 6mm shaft
x 20.6mm FMF

S - 1/4” shaft
x 20.6mm FMF

How to Order

Dimensions
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Potentiom
eters &

 Rheostats
Multi Turn Panel Potentiometers

Type 5940 Series

Dimensions

Key Features
■ Less Than 19mm Required 

Behind Panel

■ High Performance at Low 
Cost

■ Rugged Mechanical 
Construction

This precision 10 turn potentiometer has

been developed to satisfy a wide range

of applications where high resolution

and low temperature coefficient and fine

linearity are of particular importance.

Tyco Electronics Components invite

opportunities for custom design of this

product where the quantities are

suitable. With a power rating of 2W at

70°C and <0.25% linearity this multiturn

potentiometer is an important addition to

the wide range of professional approved

spindle operated potentiometer

products on offer from Tyco Electronics

Components.

Characteristics - 
Electrical

Resistance Range: 100R - 100K
Resistance Tolerance: ±5%
Linearity (Independent): ±0.25%
Effective Electrical Angle: 3600°
Absolute Minimum Resistance: ≤2 Ohms or 0.3%
Noise: 200Ω ENR maximum
Power rating @ 70°C: 2.0 Watts derating to 0 at +125°C
Dielectric Strength: 1000V
Insulation resistance 500V: 1000M minimum

Mechanical

Mechanical Angle: 3600° +15° -0°
Rotational Life: 10,000 cycles
Stop Strength: 420 mNm minimum
Torque (Starting and Running): ≤25mNm
Weight: 21 grams approximately
Terminals: Wire Wrap
Mounting Torque: 17 - 20 mNm

Environmental

Operating Temperature Range: -55°C to +125°C
Temperature Coefficient of Wire: 100ppm/°C maximum
Shock: 100G 0.1ms max.
Load Life: 1000 hours ∆R 5% maximum

Type 5940 Series

5940 S A 102 J S

Common Part

S - Single Section

Sections Identifier

5940 - 10 Turn
Wirewound

Potentiometer
A - Standard

Resistance Value

J - ±5%

Tolerance Shaft Style
The first two digits

are significant
figures of resistance
value and the third

denotes the number
of zeros following.

e.g. 100R: 101 
1K0: 102
10K: 103
100K: 104

S - 6.35mm Shaft
x 20.6mm FMF

How to Order
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Potentiometer Accessories

Digital and Analogue Counting Dials

Key Features
■ 10, 15 or 20 Turns Available

■ Alternative Colours to Suit 
Stylist

■ Very Wide Range

■ Analogue and Digital Models

■ Reasonable M.O.Q's

Tyco Electronics Components can offer

you an excellent range of analogue and

digital turns counting dials to

complement the popular 5930 and 5940

potentiometer series. The 7/8" series

CT56 and CT57 offer up to 15 turns and

are excellent low cost models, the CT46

is a well proven 2" diameter 20 turn dial

and the new CT27 offers digital readout

in a premium package at a surprising

attractive price. All dials are supplied

with mounting instructions and are of

course locking devices to prevent

accidental movement. Tyco Electronics

Components offers the perfect solution

to your pot / dial combination

requirements.

Characteristics -
Digital - Mechanical & Physical

CT27 CT23 CT26 CT50

Number of turns: 10 10 10 10

Readability over ten turns: 1/5000 1/5000 1/5000 1/5000

Torque with brake engaged: 5 Ncm minimum 5 Ncm minimum 5 Ncm minimum 5 Ncm minimum

Markings: White on Black White on Black White on Black White on Black

Weight: 21.5 grams 32 grams 32 grams 11 grams

Digital - Shaft & Bushing Requirements

CT27 CT23 CT26 CT50

Shaft Extension (mm min./max.) 11.0 / 16.5 11.0 / 16.2 11.0 / 16.2 14.5 / 18.5

Bushing Extension (mm max) 4.1 4.0 4.0 6.7

Dimensions

Digital and Analogue
Counting Dials

Part Number Mounting Shaft Ø Brake

CT-23-6A Front 6.35mm Yes

CT-26-6A Recessed 6.35mm Yes

CT-50-6AH Front 6.35mm Yes

CT-27-1/4” Recessed 6.35mm Yes
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Potentiom
eters &

 Rheostats
Potentiometer Accessories

Digital and Analogue Counting Dials

Characteristics -
Analogue - Mechanical & Physical

CT49 CT56 CT57 CT46

Number of turns: 30 10 10 10

Dial Diversions (per turn): 100 50 50 100

Readability over ten turns: 1/1000 2/1000 2/1000 1/1000

Torque with brake engaged: 3.5 Ncm minimum 5 Ncm minimum 5 Ncm minimum 5 Ncm minimum

Markings: White on Black White on Black White on Black Black on Alum.

Weight: 7.0 grams 10 grams 7.0 grams 55 grams

Analogue - Shaft & Bushing Requirements

CT49 CT56 CT57 CT46

Shaft Extension (mm min./max.) 15.8 / 21.2 18.0 / 22.5 17.0 / 22.0 17.5 / 23.5

Bushing Extension (mm max) 9.0 10.0 10.0 10.0

Dimensions

Part Number Shaft Ø Brake Body Finish

CT-49-22 3.12mm Yes Clear

CT-49-42 3.12mm Yes Black

CT-49-23 6.35mm Yes Clear

CT-49-43 6.35mm Yes Black

CT-56-6 6.00mm Yes Clear

CT-56-1/4” 6.35mm Yes Clear

CT-57-60 6.00mm Yes Clear

CT-57-6A 6.35mm Yes Clear

CT-57-6AN 6.35mm Yes Black

CT-57-6AB 6.35mm Yes Blue

CT-57-6AR 6.35mm Yes Red

CT-57-6A0 6.35mm Yes Gold

CT-46-6M 6.00mm Yes Clear

CT-46-6A 6.35mm Yes Clear
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Spindle Operated Potentiometers

Type PC510 Series

Key Features
■ Only 2mm Profile

■ Non Inductive

■ High Reliability

■ Small Versatile Size

■ Insulation Resistance
100 M Ohms

■ Choice of Laws

■ Low Noise (3% Max Lin)

Type PC510 Series

The PC510 is a new concept in edge

operated potentiometers. It is offered in

styles compatible with boards which

address panels either in right angle

or parallel mode. The choice of

edgewheel is fixed at 14mm diameter,

colour black or grey, yet the total profile

is less than 2mm! It is offered in non-

linear and linear laws with resistance

values up to 500K (linear). It is ideally

suited to a range of modern hand held

portable communications equipments

as well as toys, games, small radios

and other applications where small

size, low profile, low noise and light

weight are key requirements.

Characteristics - 
Electrical

Mechanical

Resistance Range: 1K to 500K (Linear). 5K to 100K (Non Linear)
1, 2, and 5 in each decade

Resistance Tolerance: ± 20%
Rated Dissipation at 20°C: 0.1W
Electrical Rotation: 240°
Noise (ENR): 3% Max.(Linear), 8% Max. (Non Linear)
Insulation Resistance: 100M Ohms Min. 500V dc
Max. Working Voltage: 50Vdc

Environmental

Dimensions
PC510H PC510V

Mechanical Rotation: 270° ± 5°
Rotational Torque: 1 - 8mNm
End Stop Torque: 70mNm
Wheel Push Strength: 0.3 Kgf

Limits of Resistance Change: 15% (after 1000 Hrs. Endurance)
Temperature Coefficient of Resistance (20° to 70°C): 5%
Humidity: ∆R ± 15% 500 Hrs. 90 - 95% RL, 40°C ± 2°C no load
Humidity Load Life: ∆R ± 15% 500 Hrs. 90 - 95% RL, 40°C ± 2°C

Rated AC Voltage
Load Life: ∆R ± 15% 50°C Intermittent load of rated

AC voltage 500 Hrs.
UL Class: Wheel 94HB Substrate 94 V - O
Rotational Life: 10,000 Operations
Climatic Category: 20/40/21
Storage Temperature: 70°C ± 3°C no load 5 Hrs, ∆R ± 13% max.

How to Order

PC510 H 104 M

Common Part

H - Wheel Parallel to PCB

V - Wheel at 90° to PCB

Orientation
The first two digits are
significant figures of

resistance value and the
third denotes the number of

zeros following.

e.g. 1K: 102 
5K: 502

100K: 104

Resistance Value Tolerance

PC510 M ±20%
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 Rheostats
Spindle Operated Potentiometers

Type PC908 Series

Key Features
■ Stable High Resolution 

Cermet Element

■ Easy to Adjust

■ Convenient Size

■ Proven Reliability

■ Up to 1 Watt Power Rating
at 40°C

■ Log and Linear Laws 
Available

■ Resistant to Most PCB 
Washing Solvents

■ Custom Design Edgewheels 
Available

Type PC908 Series

Where edgewheel operation, high

current handling and longlife are

required specify the Tyco Electronics

Components PC908 Series. Its cermet

element ensures stability and high

performance. This potentiometer is

ideal for use in many industrial and

professional equipment applications. It

is widely used in business machines,

visual display units, medical and

telecommunication equipment.

Characteristics - 
Electrical

Mechanical

Std. Resistant range and Laws: 47 Ohms to 2M2 (Linear)
1 K Ohm to 1M Ohm (Non Linear)

Resistance Values: 1, 2, .2 and 4.7 in each decade
Selection Tolerance: ± 20% (± 10% to order)
Rated Dissipation at 40°C: 1 W (Linear); 0.5 W (Log)
Limiting Element Voltage: 315 V DC or AC
Electrical Rotation: 240°
Rotational Noise (CVR): < 5%

Environmental

Dimensions

Starting Torque: 30 mNm, maximum
End Stop Torque: 90 mNm, minimum
Mechanical Rotation: 270°
Weight: 2.02 gms, maximum

Limits of Resistance Change: 5% (after 1000 hour.endurance)
Temperature Characteristics of Resistance
(20°C to 70°C): 0.75%
Climatic Category: 40/100/04
Mechanical Endurance: 10,000 Operations, minimum

How to Order

Type

1K ±10%
We will advise a Tyco

Electronics Part Number
against this description

Resistance Value
& Tolerance

Linear
Log

Law

PC908
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Linear Slide Potentiometers

Type WA Series

Dimensions

Lever Style

Key Features
■ Latest Inset Moulded

Technology

■ Linear or Non-Linear Outputs

■ 15mm to 60mm Throws

■ Consistent Smooth Feel

■ Plastic or Metal Lever

■ Suitable for Wave Solder

■ Earth Screen Plate

■ Available via Distribution

A family of high reliability Slide

Potentiometers having a range of metal

or insulated levers offered in dual

output style. The WA Series utilises the

very latest inset moulding technology

to produce a slider with excellent "feel"

and range of throw and body lengths

with linear or non-linear outputs.

Characteristics - 
Electrical

Resistance Range: 10K to 100K
Resistance Tolerance: ± 20%
Output Law: Linear & Logarithmic
Voltage Rating: E =   P x R
Electrical Life: 15,000 cycles
Insulation Resistance: 10 M minimum @ 250V DC
Dielectric Withstand Voltage: 300V AC

Type WA Series

Travel (T) A B C D E F L
15mm 19.0 22.0 25.0 28.0 4.0 4.0 30.0
20mm 24.0 27.0 30.0 33.0 0.0 2.0 35.0
30mm 34.0 37.0 40.0 43.0 0.0 5.0 45.0
45mm 49.0 52.0 55.0 58.0 0.0 5.0 60.0
60mm 64.0 67.0 70.0 73.0 6.0 11.00 75.0

Slider Knob Dimensions
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 Rheostats
Linear Slide Potentiometers

Type WA Series

How to Order

WAKA2 B 104 C15

B - Linear

D - log.

Output Law Resistance Value
Dual

15mm
20mm
30mm
45mm
60mm

No Detent
WAKA2
WAMA2
WANA5
WAPA5
WAQA2

Detent
WAKA0
WAMA0
WANA0
WAPA0
WAQA0

The first two digits are
significant figures of
resistance value and

the third denotes
the number of zeros

following.

e.g. 10K: 103 
20K: 203
100K: 104

Lever

C15

Output Law -
Linear (B) Logarithmic (D)
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Ambient Temperature (°C)

Travel Power @ 50°C Max. Operating Voltage
(T) Lin Log Lin Log

15mm 0.03W 0.02W 75V 75V
20mm 0.04W 0.02W 150V 150V
30mm 0.06W 0.03W 150V 150V
45mm 0.10W 0.05W 200V 150V
60mm 0.12W 0.06W 200V 200V

Travel Values Available Law
15mm 10K, 100K Linear
45mm 10K, 50K, 100K Linear / Log
60mm 10K, 50K, 100K Linear / Log

Common Part
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High Power Resistors

Type BFA Series

Key Features
■ Power Dissipation up to

10 Amps

■ Tough Steel Box Construction

■ 3 Terminals For Divider Use

■ 10 Times Power - Short Time

■ Operate up to 400°C

■ Custom Designs Welcome

Type BFA Series

These variable rheostats are produced

using constantan (CuNi44) wire,

wound onto ceramic formers, with

insulated wire to give mechanical

stability and good heat dissipation.

A leaf spring type wiper, with a

ceramic handle is used to vary the

resistance.

The resistors are protected with a

perforated, pressed steel cover and

three laboratory terminals are provided

so that the unit can be used as a series

resistor or potential divider.

These are ideal to provide variable

current outputs in all laboratory

environments.

Characteristics - 
Electrical

Maximum Current (Amps): 10 5 4 2 1
Resistance (Ohms): 5.6 22 33 120 560
Maximum Continuous Power (Watts): 811 760 675 580 521
Element Size (mm): 400 x 60 400 x 60 400 x 60 400 x 60 400 x 40
Weight (Kg): 2.6 2.6 2.6 2.6 1.7

Resistor Tolerance: -10%
Resistor Values: Conforms to IEC Series E12

Connection Details
Single Tube,
Series Connected

Single Tube,
Potentiometer Connected

Dimensions

Current Rating A B C D E F
10 450 405 420 153 94 63
5 450 405 420 153 94 63
4 450 405 420 153 94 63
2 450 405 420 153 94 63
1 450 405 420 132 68 47

How to Order

Type

See Table

Current Rating

See Table

Resistance Value

BFA - High
Power Resistors
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Potentiom
eters &

 Rheostats
Potentiometers & Rheostats

Engineering Notes
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Glossary

Glossary of Terms

Ampere (Amp)
The measurement of intensity of rate of flow of
electrons in an electric circuit. An ampere is the
amount of current that will flow through a resist-
ance of one ohm under a pressure of one volt.

Climatic Category
Defined in IEC 68-1, this statement establishes
the lowest and highest test temperatures
(category temperature), as well as the duration
of humidity testing.

Colour Band Marking For Resistors
Please refer to page 254

Continuous Working Voltage (maximum)
Limit for the voltage applied to a resistor may not
be exceeded, even if other limitations, e.g. rated
power, are not reached. If, instead of a voltage
value the general equation is given, the limiting
voltage is only determined by the rated power.

Contact Resistance Variation (C.R.V.)
The apparent resistance seen between the wiper
and the resistance element when the wiper is
energised with a specific current and moved over
the adjustment travel in either direction at a con-
stant speed. The output variations are measured
over a specified frequency bandwidth, exclusive
of the effects due to roll-on roll-off of the termina-
tions and is expressed in ohms or % of Rt.

Current Noise
A voltage, having a statistical distribution of fre-
quencies, depending on the DC current through
the resistor. Current Noise Voltage is additional to
thermal noise, which depends on materials and
styles.

CW - CCW
These are abbreviations for clockwise (CW) and
counter clock wise (CCW).

Damp Heat - steady state
Relative irreversible resistance change after a
defined climatic stress. Test procedures according
to CECC or IEC are standardised in the applicable
detailed specification.

Derating
Reduction of electrical power at increased
ambient temperature, to avoid excess of
maximum surface temperature by self heating.

Dielectric Strength
This is the ability to withstand the application of
voltage to the housing, rotor, shaft and other
external conducting parts, without exceeding
the standard for current leakage.

E Series of Preferred Values
International standardised stagger for resistance
values within one decade, different E Series vary
on the total number of values per decade. The full
value Grid is on page 254.

Effective Electrical Angle
The rotation angle (or number of turns of the shaft)
within which the output voltage actually varies.

End Resistance (Potentiometers)
The resistance measured between the wiper and
the corresponding terminal when the wiper is at
the end of its mechanically moveable range.

End Stop Strength (Potentiometers)
In potentiometers using end stops, this is the
maximum rotation torque which will not break
the end stop.

J.I.S.
Japanese Industrial Standard

Limiting Voltage
The limiting voltage for resistor element and
insulation is the maximum voltage that may be
applied continuously to the resistor element or the
insulation, refer to IEC publications 115-1 and
115-2.

Load Life
Relative irreversible resistance change after a cer-
tain testing time. Normally related to power, 70°C
ambient temperature and 1000 hours testing.

Insulation Resistance
This is the resistance between the coating,
housing, rotor, shaft, other parts, and the element
when a designated D.C. voltage is applied.

Insulation Voltage
Test Voltage applied for 1 minute between the ter-
minals and casing. The given value does not
define continuos isolation.

Maximum Input Voltage
This is the maximum voltage that can be input
at all resistance values from end to end. The
maximum input voltage varies depending on
the resistance value.

Maximum Wiper Current (Potentiometers)
This is the maximum current that can be applied
to the wiper. The maximum current depends on
the resistance value.

Mechanical Angle (Potentiometers)
This is the rotation angle that the rotor can be
turned from the end stop on one end, to the end
stop at the other end. For multiturn potentiometers
this is the number of turns possible by the
adjustment screw.

Multiturn Trimmers (Potentiometers)
Multiturn trimmers turn rotor gear by turning the
adjustment shaft gear. A clutch mechanism is
generally used in place of an end stop, at the end
of the mechanical travel.

Minimum Effective Resistance
[hop on-hop off values] (Potentiometers)
The minimum effective resistance is the resistance
value at either end of the effective electrical travel.
This is between terminal 2 and the electrically
nearer end terminal 1 or 3.

Ohm
The unit of measurement for electric resistance.
An ohm is the amount of resistance that will
allow one ampere to flow under pressure from
one volt.

Current
Source

Potentiometer

Output or
Contact
Resistance
Variation

Band
Pass
Filter
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Glossary
Glossary

Glossary of Terms

Ohms Law
The relationship between voltage, current
and resistance. When a current flows through a
conductor the current flowing is directy proportion-
al to the potential difference between either end
and the resistance of the conductor. 

Operational Torque (Potentiometers)
This is the torque required to turn the rotor shaft.

Overload
Can be classed as overcurrent which exceeds the
normal full load of a circuit.

Power Rating
The power rating is the maximum power that can
be applied for all resistance ranges (end to end),
with a continuous load at the ambient
temperature. Mathematically, it follows the
formula: P = I x V
Because the applied power creates heat in the
resistor, the rated power is determined by the
volume of heat released and the ability of the
components to withstand heat. Thus, the rated
power, changes with the ambient temperature.

P = I2 R or P = E2 /R

P: Power (W), I: Current (A), E: Voltage (V), R:
Resistance (Ω)

Rated Pulse Voltage

EP = P x R x 1
Tf

EP : Rated Pulse Voltage (V)
P: Rated Power of Resistor (W)
f : Frequency (Hz)
R: Rated Resistance (Ω)

R.M.S Current
The R.M.S (root mean square) value of any period-
ic current is equal to the value of the direct current
which, flowing through a resistance, produces the
same heating effect in the resistance as the peri-
odic current does.

Rotational Life (Potentiometers)
This is a test to check the life of the device when
the product is rotated near the life expectancy.
Test Conditions:
The shaft is turned back and forth as specified, in
cycles, with no load at 90% of the electrical effec-
tive angle.

Residual Resistance (Potentiometers)
The residual resistance is the resistance obtained
between the end termination 1 or 3 and the termi-

nation 2 of the wiper when the wiper is set against
the relevant end stop or to the point just prior to
the clutch commencing to slip.

Resistance To Soldering Heat
Relative irreversible resistance change due to
soldering. Test procedures according to CECC or
IEC are standardized in the applicable detailed
specification.

Setting Stability (Potentiometers)
This shows the amount of change in the output
voltage, without re-adjustment, expressed as a
percentage of the total applied voltage.

Surface Temperature
The surface temperature is the temperature on a
defined portion of the surface, measured under
specified conditions. This may be the hot spot
temperature, the hottest point on the (open)
resistive element, the temperature of some portion
of the bearing, or the temperatur of the actuating
means.

Terminal Resistance (Potentiometers)
The terminal resistance is the minimum which can
be obtained between the termination 2 connected
to the wiper and any other termination. It may be
lower than the residual resistance and the lowest
resistance value, may not need to correspond with
the mechanical end of travel.

Temperature Coefficient of Resistance (T.C.R.)
The unit change in resistance per degree celsius
change from a reference temperature, expressed
in parts per million per degree celsius as follows:

Where:

R 1 = Resistance at reference temperatre in ohms
R 2 = Resistance at test temperature in ohms
T 1 = Reference temperature in degrees celsius
T 2 = Test temperature in degrees celsius

Temperature Range
Limits for ambient temperature. Components may
be used within stated limits.

Total Resistance (Potentiometers)
This is the resistance between terminals 1 and 3.
The usual unit is ohms, with a plus or minus
percent attached to show the tolerance.
Measurement is performed with the wiper set at
terminal 1 or 3, this is to minimise the effects of
the wiper on measurement accuracy.

Tolerances
The admissable deviation from nominal resistance
value, at the moment of receiving.

Voltage Coefficient
A value mainly determined by materials, indicating
the dependency between resistance value and
applied voltage. The voltage coefficient is nega-
tive, resulting resistance changes are reversible.

Wiper Contact Resistance (Static)
(Potentiometers)
The wiper contact resistance is the mean value of
resistance measured within the effective electrical
travel between the wiper termination and the
resistive track.

R2 - R1
TCR = x106

R1 (T2 - T1)

V2÷R

W÷I
W÷I2

V2÷W

V÷I

√W÷R

W÷V

V÷R

I2xR

VxI

√WxR

IxR

W I

V R

R = V÷I
V2÷W
W÷I2

W = V2÷I
I2÷R
V÷I

V = √W÷R
W÷I
IxR

I = V÷R
W÷V
√W÷R
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Colour Code in Accordance with IEC 62

Colour
1st 2nd 3rd

Multiplier
Tolerance

Figure Figure Figure Letter Percent
Black 0 0 0 1
Brown 1 1 1 10 F ±1%

Red 2 2 2 100 G ±2%
Orange 3 3 3 1,000
Yellow 4 4 4 10,000
Green 5 5 5 100,000 D ±0.5%
Blue 6 6 6 1,000,000 C ±0.25%
Violet 7 7 7 10,000,000 B ±0.1%
Grey 8 8 8 100,000,000
White 9 9 9 1,000,000,000
Gold 0.1 J ±5%
Silver 0.01 K ±10%
None M ±20%

E6 E12 E24 E96 E6 E12 E24 E96 E6 E12 E24 E96 E6 E12 E24 E96 E6 E12 E24 E96 E6 E12 E24 E96
100 100 100 100 147 220 220 220 215 316 470 470 470 464 680 680 680 681

102 150 150 150 150 221 330 330 330 324 475 698
105 154 226 332 487 715
107 160 158 232 340 499 732

110 110 162 240 237 348 510 511 750 750
113 165 243 360 357 523 768
115 169 249 365 536 787

120 120 118 174 255 374 549 820 820 806
121 180 180 178 261 390 390 383 560 560 562 825
124 182 270 270 267 392 576 845
127 187 274 402 590 866

130 130 191 280 412 604 887
133 196 287 422 620 619 910 909
137 200 200 294 430 432 634 931
140 205 300 301 442 649 953
143 210 309 453 665 976

E Series Value Grid in Accordance with IEC 63
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Family Carrier A B
Tape ±0.1 ±0.3

3103 Plastic 3.5 8.0

3121 Plastic 3.5 8.0

3130 Plastic 3.5 8.0

3133 Plastic 3.5 8.0

3135 Plastic 3.5 8.0

3142 Plastic 5.5 12.0

3150 Plastic 5.5 12.0

3165 Plastic 5.5 12.0

3203 Plastic 5.5 12.0

3204 Plastic 5.5 12.0

3212 Plastic 5.5 12.0

3213 Plastic 5.5 12.0 

3240 Plastic 7.5 16.0

3315 Plastic 5.5 12.0

3316 Plastic 5.5 12.0

3317 Plastic 5.5 12.0

3520 2512 Plastic 5.5 12.0

8158 0402 Plastic 3.5 8.0

8158 0603 Plastic 23.5 8.0

8158 0805 Plastic 3.5 8.0

8158 1206 Plastic 3.5 8.0

CPF 0603 Paper 3.5 8.0

CPF 0805 Paper 3.5 8.0

CPF 1206 Paper 3.5 8.0

CPG 0603 Paper 3.5 8.0

CPG 0805 Paper 3.5 8.0

CPG 1206 Paper 3.5 8.0

CRG 0201 Paper 3.5 8.0

CRG 0402 Paper 3.5 8.0

CRG 0603 Paper 3.5 8.0

CRG 0805 Paper 3.5 8.0

CRG 1206 Paper 3.5 8.0

CRG 1210 Paper 3.5 8.0

CRG 2010 Plastic 5.5 12.0

CRG 2512 Plastic 5.5 12.0

CRL 0805 Paper 3.5 8.0

FCR 0805 Paper 3.5 8.0

FCR 1206 Paper 3.5 8.0

FCR 2010 Paper 3.5 8.0

HL 2512 Plastic 5.5 12.0

Family Carrier A B
Tape ±0.1 ±0.3

LT73 0805 Plastic 3.5 8.0

MCN 1206 Plastic 3.5 8.0

MRS 1206 Plastic 3.5 8.0

NTC 0603 Paper 3.5 8.0

NTC 0805 Paper 3.5 8.0

RCPP 0603 Plastic 3.5 8.0

RCPP 0805 Plastic 3.5 8.0

RCPP 1206 (1) Plastic 3.5 8.0

RCPP 1206 (2) Plastic 3.5 8.0

RH73 0402 Plastic 3.5 8.0

RH73 0603 Plastic 3.5 8.0

RH73 0805 Plastic 3.5 8.0

RH73 1206 Plastic 3.5 8.0

RH73 1210 Plastic 3.5 8.0

RH73 2512 Plastic 5.5 12.0

RL73 0402 Paper 3.5 8.0

RL73 0603 Paper 3.5 8.0

RL73 0805 Paper 3.5 8.0

RL73 1206 Paper 3.5 8.0

RL73 1210 Paper 3.5 8.0

RL73 2010 Plastic 5.5 12.0

RL73 2512 Plastic 5.5 12.0

RN73 0402 Paper 3.5 8.0

RN73 0603 Paper 3.5 8.0

RN73 0805 Paper 3.5 8.0

RN73 1206 Paper 3.5 8.0

RP73 0603 Plastic 3.5 8.0

RP73 0805 Plastic 3.5 8.0

RP73 1206 Plastic 3.5 8.0

S_1/2 Plastic 5.5 12.0

S_1 Plastic 7.5 16.0

S_2 Plastic 11.5 24.0

S_3 Plastic 14.2 32.0

SM_2 Plastic 7.5 16.0

SM_3 Plastic 11.5 24.0

TCR 0805 Paper 3.5 8.0

TCR 1206 Paper 3.5 8.0

TL 1206 Plastic 3.5 8.0

TL 2010 Plastic 5.5 12.0

TL 2512 Plastic 5.5 12.0

2.0±0.1 4.0±0.1

A
B

1.75±0.1
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Packaging

Family
Qty

A Pper Pack

C3A 500 74 10

C7 250 74 10

CBT 2000 52 5

CCR1/2 2000 52 10

CFR16 5000 52 5

CFR25 5000 52 5

CFR50 1000 52 5

CFR50S 2000 52 5

CFR100 1000 58 5

CFR200 500 64 10

ER58 250 86 10

ER74 1000 76 10

ES 1/2W 1000 52 5

ES 1W 1000 52 5

ES 2W 1000 63 5

ES 3W 1000 76 10

ES 5W 1000 82 10

FRN 25 4000 52 5

FRN 50S 1000 52 5

FRN 100S 1000 58 5

FRN 200S 1000 58 5

FRN 300S 1000 64 10

H2 250 52 5

HMG 2000 52 5

Holco 250 52 5

LR0204 4000 52 5

LR1 (L) 4000 52 5

LR2 1000 52 5

Family
Qty

A Pper Pack

LR100 1000 58 5

LR200 1000 64 10

LT 1/4 2000 26 5

LT 1/6 3000 26 5

R 1000 52 5

RGP0207CH 2000 52 5
(1M1 - 100M)

RGP0207CH 1000 52 5
(101M - 1G0)

ROX 05 2000 52 5

ROX 05S 2000 52 5

ROX 1 1000 52 5

ROX 1S (SS) 2000 52 5

ROX 2 1000 63 10

ROX 2S 1000 52 5

ROX 3 1000 63 10

ROX 3S 1000 63 10

ROX 5 500 63 10

ROX 5S 500 63 10

RSS 1/2 2000 52 5

RSS 1 2000 52 5

RSS 2 1000 63 5

RSS 3 1000 63 10

RSS 5 500 93 10

RSS 7 500 93 10

ZR0204 5000 52 5

ZR0207 4000 52 5

A

P

P



Family Page

17P 222

23 234

31 230

51 226

409 206

416 194

433 215

446 196

470 198

3103 179

3121 172

3130 173

3133 174

3135 175

3142 176

3150 177

3165 178

3203 180

3204 181

3212 182

3213 183

3240 186

3270 188

3315 184

3520 132

4265 199

4270 212

4275 200

4290 214

4295 208

5930 242

5940 243

8158 156

BDS100 74

BDS250 76

BDS600 78

BDS600 104

BFA 250

C 56

CB10 202

CB15 210

CBT 149

CCR 150

CFH 102

CFR 140

CJB 98

CJR 96

Family Page

CJS 94

CM10 204

CP16 224

CPF 10

CPG 12

CRG 130

CRL 33

CS9 220

CSR 29

CT15 211

CT6 192

DIALS 244

ER 58

ES 147

FC 50

FCR 122

FKN 126

FRN 124

FSQ 127

H2 20

HB 114

HDP 162

Heatsink Assemblies 106

HER 37

HH 113

HIS 164

HJ 112

HL 27

HMA 38

HMG 110

Holco 17

HPA 39

HPF 40

HPR 41

HPV 90

HS 60

HS600 100

HSX 64

HVR 116

KC 22

KHS 118

KL 28

KNP 42

LC1 238

LR 136

LT 161

LT73 160

Family Page

MC 239

MCN 134

ME 66

MPC 72

MPF 82

MPH 84

MPR 80

MRF 71

MRS 16

NTC 158

OP 35

OS 36

PC510 246

PC610 221

PC908 247

PC910 216

R 21

R3000 92

R5000 86

RC 168

RGP 111

RH73 133

RL73 32

RN73 6

ROX 144

RP73 8, 9

RSS 146

RSSF 142

RW 240

SBC 54

SBL 34

SIL 152

SL 30

SM 45

SP 48

SQ 51

SU 14

TCR 135

TG 68

TL 26

TW 241

UPW 23

WA 248

YP 70

ZR 148
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Part Num
ber Index

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

17PCSA103MC19P 1624197-1 222
17PCSA104MA35 1624197-2 222
17PCSA104MC19P 1624197-3 222
17PCSA224MC19P 1624197-4 222
17PCSA472MF24B 1624199-8 222
17PCSA474MC19P 1624197-5 222
17PESA103KF19A 1624199-1 222
17PESA104MC19N 1624199-2 222
17PESA104MC20N 1624199-3 222
17PESA472MA16D 1624199-4 222
17PESA472MC22N 1624199-5 222
17PESA472MF22N 1624199-6 222
17PESA474MC19N 1624199-9 222
23ESA102MLA50N 1623756-1 234
23ESA102MMF50A 1624201-1 234
23ESA102MMF50N 1623757-1 234
23ESA102MWA50N 1623758-1 234
23ESA103MLA50N 1623759-1 234
23ESA103MMF50A 1624202-1 234
23ESA103MMF50N 1623760-1 234
23ESA103MSA50N 1623760-3 234
23ESA103MWA50N 1623761-1 234
23ESA104MLA50N 1623762-1 234
23ESA104MMF50A 1624203-1 234
23ESA104MMF50N 1623763-1 234
23ESA104MWA50N 1623764-1 234
23ESA105MGA50N 1623765-1 234
23ESA105MLA50N 1623766-1 234
23ESA105MMF50A 1624204-1 234
23ESA105MMF50N 1623767-1 234
23ESA105MWA50N 1623768-1 234
23ESA222KRH18C 1624205-1 234
23ESA222MLA50N 1623769-1 234
23ESA222MMF50A 1624206-1 234
23ESA222MMF50N 1624127-1 234
23ESA222MWA50N 1624128-1 234
23ESA223MLA50N 1624129-1 234
23ESA223MMF17N 1624130-3 234
23ESA223MMF50A 1624207-1 234
23ESA223MMF50N 1624130-1 234
23ESA223MTC22N 1624131-1 234
23ESA223MWA50N 1624132-1 234
23ESA224MLA50N 1624133-1 234
23ESA224MMF50A 1624208-1 234
23ESA224MMF50N 1624134-1 234
23ESA224MWA50N 1624135-1 234
23ESA471MMH65N 1624136-1 234
23ESA471MWA50N 1624137-1 234
23ESA472MLA50N 1624138-1 234
23ESA472MMF20A 1624209-3 234
23ESA472MMF50A 1624209-1 234
23ESA472MMF50N 1624139-1 234
23ESA472MMH65N 1624140-1 234
23ESA472MWA22N 1624141-1 234
23ESA472MWA50N 1624142-1 234
23ESA473MLA50N 1624143-1 234
23ESA473MMF20A 1624210-2 234
23ESA473MMF50A 1624210-1 234
23ESA473MMF50N 1624144-1 234
23ESA473MWA50N 1624145-1 234
23ESA474MLA50N 1624148-5 234
23ESA474MMF50A 1624211-1 234
23ESA474MMF50N 1624146-1 234
23ESA474MMH65N 1624147-1 234
23ESA474MWA50N 1624148-1 234
23ESB102MLA50N 1624149-3 234
23ESB102MMF50N 1624149-1 234
23ESB103MLA50N 1624150-1 234
23ESB103MMF50A 1624213-1 234
23ESB103MMF50N 1624151-1 234
23ESB103MWA50N 1624152-1 234
23ESB104MLA50N 1624150-2 234
23ESB104MMF50A 1624214-1 234
23ESB104MMF50N 1624153-1 234
23ESB105MMF50A 1624215-1 234
23ESB105MMF50N 1624154-1 234
23ESB105MWA50N 1624155-1 234
23ESB222MMF50N 1624156-3 234
23ESB223MLA50N 1624156-5 234
23ESB223MMF50N 1624156-1 234
23ESB224MMF50N 1624157-1 234
23ESB472MLA50N 1624216-3 234
23ESB472MMF50A 1624216-1 234
23ESB472MMF50N 1624158-1 234
23ESB472MWA50N 1624159-1 234
23ESB473MLA17N 1624160-1 234
23ESB473MLA50N 1624160-2 234
23ESB473MMF50A 1624158-5 234
23ESB473MMF50N 1624161-1 234
23ESB473MWA50N 1624162-1 234
23ESB474MMF50N 1624163-1 234
23ESB474MWA50N 1624164-1 234

23PSA103MWA50N 1624167-1 234
23PSA104MWA50N 1624168-1 234
23PSA222MWA22N 1624169-1 234
23PSA222MWA50N 1624170-1 234
23PSA471MWA50N 1624171-1 234
23PSA472MWA50N 1624172-1 234
23PSA474MWA50N 1624173-1 234
23PSB105MWA50N 1630185-1 234
26SSA104MLA16N 1624175-1 234
26XSA102KUH14B 1624219-1 234
27ESA103MMF50N 1624176-1 234
27ESA104MMF50N 1624177-1 234
27ESA472MMF50N 1624178-1 234
27ESA473MMF50N 1624179-1 234
27ESB103MMF50N 1624182-1 234
27ESB104MMF50N 1624183-1 234
27ESB472MMF50N 1624184-1 234
27ESB473MMF50N 1624185-1 234
27PSA473MLA43N 1624187-1 234
28SSA103MMF20N 1624188-1 234
28SSA103MRJ29N 1624188-2 234
28SSA471MKJ27N 1624188-3 234
28SSA473MLA32N 1624188-8 234
28SSA473MUA22N 1624188-9 234
28SSA473MUA35N 1624188-7 234
29EXA102MLA30N 1676125-1 234
3103X102N 1623917-1 179
3103X103N 1623917-2 179
3103X104N 1623917-3 179
3103X105N 1623917-4 179
3103X202N 1623917-5 179
3103X203N 1623917-6 179
3103X204N 1623917-7 179
3103X501N 1-1623917-1 179
3103X502N 1623917-8 179
3103X503N 1623917-9 179
3103X504N 1-1623917-0 179
3121X102P 1623921-1 172
3121X103P 1623921-2 172
3121X104P 1623921-3 172
3121X105P 1623921-4 172
3121X501P 1623921-5 172
3121X502P 1623921-7 172
3121X504P 1623921-6 172
3130W101P 1-1623922-2 173
3130W102P 1623922-1 173
3130W103P 1623922-2 173
3130W104P 1623922-3 173
3130W105P 1-1623922-3 173
3130W201P 1623922-4 173
3130W202P 1623922-5 173
3130W203P 1623922-6 173
3130W204P 1623922-7 173
3130W501P 1623922-8 173
3130W502P 1623922-9 173
3130W503P 1-1623922-0 173
3130W504P 1-1623922-1 173
3135X101P 1623919-1 175
3135X102P 1623919-2 175
3135X103P 1623919-3 175
3135X104P 1623919-4 175
3135X105P 1623919-5 175
3135X201P 1-1623919-3 175
3135X202P 1623919-6 175
3135X203P 1623919-7 175
3135X204P 1623919-8 175
3135X501P 1623919-9 175
3135X502P 1-1623919-0 175
3135X503P 1-1623919-1 175
3135X504P 1-1623919-2 175
3142W101P 1623920-1 176
3142W102P 1623920-2 176
3142W103P 1623920-3 176
3142W104P 1623920-5 176
3142W105P 1623920-6 176
3142W201P 1623920-7 176
3142W202P 1623920-8 176
3142W203P 1623920-9 176
3142W204P 1-1623920-0 176
3142W205P 1-1623920-1 176
3142W501P 1-1623920-2 176
3142W502P 1-1623920-3 176
3142W503P 1-1623920-5 176
3142W504P 1-1623920-6 176
3150W101P 1623913-1 177
3150W102P 1623913-2 177
3150W103P 1623913-3 177
3150W104P 1623913-4 177
3150W105P 1-1623913-3 177
3150W201P 1623913-5 177
3150W202P 1623913-6 177
3150W203P 1623913-7 177

3150W204P 1623913-8 177
3150W501P 1623913-9 177
3150W502P 1-1623913-0 177
3150W503P 1-1623913-1 177
3150W504P 1-1623913-2 177
3155W502P 1623914-2 177
3155X103P 1623915-1 177
3155X204P 1623915-2 177
3155X503P 1623915-3 177
3165W101P 1623918-1 178
3165W102P 1623918-2 178
3165W103P 1623918-3 178
3165W104P 1623918-4 178
3165W105P 1623918-5 178
3165W201P 1623918-6 178
3165W202P 1623918-7 178
3165W203P 1623918-8 178
3165W204P 1623918-9 178
3165W501P 1-1623918-1 178
3165W502P 1-1623918-2 178
3165W503P 1-1623918-3 178
3165W504P 1-1623918-4 178
31ESA105MUA20C 1624221-1 230
31PSA104MPE25N 1624222-1 230
31RRB472MPG20B 2-1624222-0 230
3203X101P 1623916-1 180
3203X102P 1623916-2 180
3203X103P 1623916-3 180
3203X104P 1623916-4 180
3203X105P 1623916-5 180
3203X201P 1-1623916-3 180
3203X202P 1623916-6 180
3203X203P 1623916-7 180
3203X204P 1623916-8 180
3203X501P 1623916-9 180
3203X502P 1-1623916-0 180
3203X503P 1-1623916-1 180
3203X504P 1-1623916-2 180
3204X101P 1-1623909-4 181
3204X102P 1623909-1 181
3204X103P 1623909-2 181
3204X104P 1623909-3 181
3204X105P 1623909-4 181
3204X201P 1623909-5 181
3204X202P 1623909-6 181
3204X203P 1623909-7 181
3204X204P 1623909-8 181
3204X501P 1-1623909-0 181
3204X502P 1-1623909-1 181
3204X503P 1-1623909-2 181
3204X504P 1-1623909-3 181
3213X101M 1879029-1 183
3213X102M 1879029-2 183
3213X103M 1879029-3 183
3213X104M 1879029-4 183
3213X105M 1879029-5 183
3213X201M 1879029-6 183
3213X202M 1879029-7 183
3213X203M 1879029-8 183
3213X204M 1879029-9 183
3213X501M 1-1879029-0 183
3213X502M 1-1879029-1 183
3213X503M 1-1879029-2 183
3213X504M 1-1879029-3 183
3240P100K 1623923-6 186
3240P101K 1623923-7 186
3240P102K 1623923-8 186
3240P103K 1623923-1 186
3240P104K 1623923-9 186
3240P105K 1-1623923-0 186
3240P200K 1-1623923-1 186
3240P201K 1-1623923-2 186
3240P202K 1623923-5 186
3240P203K 1623923-2 186
3240P204K 1-1623923-3 186
3240P205K 1-1623923-4 186
3240P500K 1-1623923-5 186
3240P501K 1623923-3 186
3240P502K 1623923-4 186
3240P503K 1-1623923-6 186
3240P504K 1-1623923-7 186
3240W100K 1-1623924-3 186
3240W101K 1623924-1 186
3240W102K 1623924-2 186
3240W103K 1623924-3 186
3240W104K 1623924-4 186
3240W105K 1623924-5 186
3240W200K 1-1623924-4 186
3240W201K 1623924-6 186
3240W202K 1623924-7 186
3240W203K 1623924-8 186
3240W204K 1623924-9 186

3240W205K 1-1623924-7 186
3240W500K 1-1623924-5 186
3240W501K 1-1623924-0 186
3240W502K 1-1623924-1 186
3240W503K 1-1623924-2 186
3240W504K 1-1623924-6 186
3270P100K 1623911-9 188
3270P101K 1-1623911-0 188
3270P102K 1623911-1 188
3270P103K 1623911-2 188
3270P104K 1-1623911-1 188
3270P105K 1623911-3 188
3270P200K 1-1623911-2 188
3270P201K 1-1623911-3 188
3270P202K 1623911-8 188
3270P203K 1623911-4 188
3270P204K 1623911-5 188
3270P500K 1-1623911-4 188
3270P501K 1623911-6 188
3270P502K 1-1623911-5 188
3270P503K 1-1623911-6 188
3270P504K 1623911-7 188
3270W100K 1623912-1 188
3270W101K 1623912-2 188
3270W102K 1623912-3 188
3270W103K 1623912-4 188
3270W104K 1-1623912-0 188
3270W200K 1-1623912-1 188
3270W201K 1623912-5 188
3270W202K 1623912-6 188
3270W203K 1-1623912-2 188
3270W204K 1-1623912-3 188
3270W500K 1-1623912-4 188
3270W501K 1623912-7 188
3270W502K 1-1623912-5 188
3270W503K 1623912-8 188
3270W504K 1623912-9 188
3315X100M 1623905-1 184
3315X101M 1623905-2 184
3315X102M 1623905-3 184
3315X103M 1623905-4 184
3315X104M 1623905-5 184
3315X105M 1623905-6 184
3315X200M 1-1623905-5 184
3315X201M 1623905-7 184
3315X202M 1623905-8 184
3315X203M 1623905-9 184
3315X204M 1-1623905-6 184
3315X500M 1-1623905-0 184
3315X501M 1-1623905-1 184
3315X502M 1-1623905-2 184
3315X503M 1-1623905-3 184
3315X504M 1-1623905-4 184
3316X105M 1623906-1 184
3316X500M 1623906-2 184
3317X201M 1623907-1 184
3317X503M 1623907-2 184
3520100KJT 1622820-1 132
3520100RJT 1622820-2 132
352010KJT 1622820-3 132
352010MJT 7-1622820-1 132
352010RJT 1622820-4 132
3520120KJT 7-1622820-2 132
3520120RJT 1622820-5 132
352012KJT 7-1622820-3 132
352012RJT 1622820-6 132
3520150KJT 1622820-7 132
3520150RJT 1622820-8 132
352015KJT 1622820-9 132
352015RJT 1-1622820-0 132
3520180KJT 1-1622820-1 132
3520180RJT 1-1622820-2 132
352018KJT 7-1622820-4 132
352018RJT 1-1622820-3 132
35201K0JT 1-1622820-4 132
35201K2JT 1-1622820-5 132
35201K5JT 1-1622820-6 132
35201K8JT 6-1622820-8 132
35201M0JT 1-1622820-7 132
35201M2JT 7-1622820-5 132
35201M5JT 7-1622820-6 132
35201M8JT 7-1622820-7 132
35201R0JT 1-1622820-8 132
35201R2JT 1-1622820-9 132
35201R5JT 2-1622820-0 132
35201R8JT 2-1622820-1 132
3520200RJT 2-1622820-2 132
352020KJT 2-1622820-3 132
3520220KJT 2-1622820-4 132
3520220RJT 2-1622820-5 132
352022KJT 2-1622820-6 132
352022RJT 2-1622820-7 132

* Please contact your Sales Representative for parts not listed
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3520270KJT 7-1622820-8 132
3520270RJT 2-1622820-8 132
352027KJT 7-1622820-9 132
352027RJT 2-1622820-9 132
35202K0JT 3-1622820-0 132
35202K2JT 3-1622820-1 132
35202K7JT 3-1622820-2 132
35202M2JT 8-1622820-0 132
35202M7JT 8-1622820-1 132
35202R0JT 3-1622820-3 132
35202R2JT 3-1622820-4 132
35202R7JT 3-1622820-5 132
3520300RJT 3-1622820-6 132
352030RJT 9-1622820-6 132
3520330KJT 3-1622820-7 132
3520330RJT 3-1622820-8 132
352033KJT 3-1622820-9 132
352033RJT 4-1622820-0 132
3520390KJT 8-1622820-2 132
3520390RJT 4-1622820-1 132
352039KJT 4-1622820-2 132
352039RJT 4-1622820-3 132
35203K0JT 7-1622820-0 132
35203K3JT 4-1622820-4 132
35203K9JT 8-1622820-3 132
35203M3JT 8-1622820-4 132
35203M9JT 8-1622820-5 132
35203R0JT 9-1622820-5 132
35203R3JT 4-1622820-5 132
35203R9JT 4-1622820-6 132
3520470KJT 4-1622820-7 132
3520470RJT 4-1622820-8 132
352047KJT 4-1622820-9 132
352047RJT 5-1622820-0 132
35204K7JT 5-1622820-1 132
35204M7JT 8-1622820-6 132
35204R7JT 5-1622820-2 132
3520560KJT 8-1622820-7 132
3520560RJT 5-1622820-3 132
352056KJT 8-1622820-8 132
352056RJT 5-1622820-4 132
35205K6JT 8-1622820-9 132
35205M6JT 9-1622820-0 132
35205R6JT 5-1622820-5 132
3520680KJT 5-1622820-6 132
3520680RJT 5-1622820-7 132
352068KJT 5-1622820-8 132
352068RJT 5-1622820-9 132
35206K8JT 6-1622820-0 132
35206M8JT 9-1622820-1 132
35206R8JT 6-1622820-1 132
35207R5JT 6-1622820-2 132
3520820KJT 9-1622820-2 132
3520820RJT 6-1622820-3 132
352082KJT 9-1622820-3 132
352082RJT 6-1622820-4 132
35208K2JT 6-1622820-5 132
35208M2JT 9-1622820-4 132
35208R2JT 6-1622820-6 132
352091RJT 6-1622820-9 132
36SSB103MPE22N 1624190-1 230
36SSB473MPE22N 1624190-2 230
409HA101M 1623855-1 206
409HA102M 1623855-2 206
409HA103M 1623855-4 206
409HA104M 1623855-5 206
409HA105M 1623855-6 206
409HA201M 1623855-7 206
409HA202M 1623855-8 206
409HA203M 1623855-9 206
409HA204M 1-1623855-0 206
409HA302M 1-1623855-1 206
409HA501M 1-1623855-2 206
409HA502M 1-1623855-3 206
409HA503M 1-1623855-4 206
409HA504M 1-1623855-5 206
409HR101M 1623856-1 206
409HR104M 1623856-2 206
409HR202M 1623856-3 206
409HR203M 1623856-4 206
409HR503M 1623856-5 206
409HS102M 1623857-1 206
409HS103M 1623857-2 206
409HS104M 1623857-3 206
409HS105M 1623857-4 206
409HS201M 1623857-5 206
409HS202M 1623857-6 206
409HS203M 1623857-7 206
409HS501M 1623857-8 206
409HS502M 1623857-9 206
409HS503M 1-1623857-0 206
409HS504M 1-1623857-1 206

409VA101M 1623858-1 206
409VA102M 1623858-2 206
409VA103M 1623858-3 206
409VA104M 1623858-4 206
409VA105M 1623858-5 206
409VA201M 1623858-6 206
409VA202M 1623858-7 206
409VA203M 1623858-8 206
409VA204M 1-1623858-3 206
409VA474M 1623858-9 206
409VA501M 1-1623858-0 206
409VA502M 1-1623858-1 206
409VA503M 1-1623858-2 206
409VA504M 1-1623858-4 206
409VS102M 1623860-1 206
409VS103M 1623860-2 206
409VS104M 1623860-3 206
409VS105M 1623860-4 206
409VS201M 1623860-5 206
409VS202M 1623860-6 206
409VS203M 1623860-7 206
409VS501M 1623860-8 206
409VS502M 1623860-9 206
409VS503M 1-1623860-0 206
409VS504M 1-1623860-1 206
409VT101M 1623861-1 206
409VT103M 1623861-2 206
409VT104M 1623861-3 206
409VT201M 1623861-4 206
409VT203M 1623861-5 206
409VT503M 1623861-6 206
409VX501M 1623861-7 206
416MA101P 1623893-1 194
416MA102P 1623893-2 194
416MA103P 1623893-3 194
416MA104P 1623893-5 194
416MA105P 1623893-6 194
416MA201P 1623893-7 194
416MA202P 1623893-8 194
416MA203P 1623893-9 194
416MA204P 1-1623893-3 194
416MA501P 1-1623893-0 194
416MA502P 1-1623893-1 194
416MA503P 1-1623893-2 194
416MA504P 1-1623893-4 194
416PA101M 1623894-1 194
416PA102M 1623894-2 194
416PA103M 1623894-4 194
416PA104M 1623894-5 194
416PA105M 1623894-6 194
416PA201M 1623894-7 194
416PA202M 1623894-8 194
416PA203M 1623894-9 194
416PA204M 1-1623894-0 194
416PA501M 1-1623894-1 194
416PA502M 1-1623894-2 194
416PA503M 1-1623894-3 194
416PA504M 1-1623894-4 194
416XA101P 1623895-1 194
416XA102P 1623895-2 194
416XA103P 1623895-3 194
416XA104P 1623895-4 194
416XA105P 1-1623895-0 194
416XA201P 1623895-5 194
416XA202P 1623895-6 194
416XA203P 1-1623895-1 194
416XA204P 1-1623895-2 194
416XA501P 1623895-7 194
416XA502P 1623895-8 194
416XA503P 1623895-9 194
416XA504P 1-1623895-3 194
416XX105P 1623896-1 194
4265H102M 1623853-1 199
4265P101M 1623853-2 199
4265P102M 1623853-3 199
4265P103M 1623853-4 199
4265P104M 1623853-5 199
4265P105M 1623853-6 199
4265P201M 1623853-7 199
4265P202M 1623853-8 199
4265P203M 1623853-9 199
4265P204M 1-1623853-0 199
4265P501M 1-1623853-1 199
4265P502M 1-1623853-2 199
4265P503M 1-1623853-3 199
4265P504M 1-1623853-4 199
4265X101M 1623854-1 199
4265X102M 1623854-2 199
4265X103M 1623854-3 199
4265X104M 1623854-4 199
4265X105M 1-1623854-3 199
4265X201M 1-1623854-4 199

4265X202M 1623854-5 199
4265X203M 1623854-6 199
4265X204M 1623854-7 199
4265X500M 1623854-8 199
4265X501M 1623854-9 199
4265X502M 1-1623854-0 199
4265X503M 1-1623854-1 199
4265X504M 1-1623854-2 199
4270P100K 1-1623864-5 212
4270P101K 1623864-1 212
4270P102K 1623864-2 212
4270P103K 1623864-5 212
4270P104K 1-1623864-2 212
4270P105K 1623864-8 212
4270P200K 1-1623864-6 212
4270P201K 1-1623864-0 212
4270P202K 1623864-3 212
4270P203K 1623864-6 212
4270P204K 1-1623864-3 212
4270P500K 1-1623864-7 212
4270P501K 1-1623864-1 212
4270P502K 1623864-4 212
4270P503K 1623864-7 212
4270P504K 1-1623864-4 212
4270W100K 1-1623862-4 212
4270W101K 1623862-2 212
4270W102K 1623862-5 212
4270W103K 1623862-8 212
4270W104K 1-1623862-1 212
4270W105K 1-1623862-3 212
4270W200K 1623862-1 212
4270W201K 1623862-3 212
4270W202K 1623862-6 212
4270W203K 1623862-9 212
4270W204K 1-1623862-5 212
4270W500K 1-1623862-6 212
4270W501K 1623862-4 212
4270W502K 1623862-7 212
4270W503K 1-1623862-0 212
4270W504K 1-1623862-2 212
4270X100K 1-1623863-1 212
4270X101K 1-1623863-4 212
4270X102K 1623863-3 212
4270X103K 1623863-6 212
4270X104K 1623863-9 212
4270X105K 1-1623863-0 212
4270X200K 1-1623863-2 212
4270X201K 1623863-1 212
4270X202K 1623863-4 212
4270X203K 1623863-7 212
4270X204K 1-1623863-5 212
4270X500K 1-1623863-3 212
4270X501K 1623863-2 212
4270X502K 1623863-5 212
4270X503K 1623863-8 212
4270X504K 1-1623863-6 212
4275P101K 1623900-5 200
4275P102K 1623900-1 200
4275P103K 1623900-2 200
4275P104K 1623900-3 200
4275P105K 1623900-6 200
4275P201K 1623900-7 200
4275P202K 1623900-8 200
4275P203K 1623900-9 200
4275P204K 1-1623900-0 200
4275P205K 1-1623900-4 200
4275P501K 1-1623900-1 200
4275P502K 1623900-4 200
4275P503K 1-1623900-2 200
4275P504K 1-1623900-3 200
4275U103K 1623901-1 200
4275X101K 1623902-1 200
4275X102K 1623902-2 200
4275X103K 1623902-3 200
4275X104K 1623902-4 200
4275X105K 1623902-5 200
4275X201K 1623902-6 200
4275X202K 1-1623902-1 200
4275X203K 1-1623902-2 200
4275X204K 1623902-7 200
4275X205K 1-1623902-4 200
4275X501K 1623902-8 200
4275X502K 1623902-9 200
4275X503K 1-1623902-0 200
4275X504K 1-1623902-3 200
4290P101K 1623848-1 214
4290P102K 1623848-4 214
4290P103K 1623848-7 214
4290P104K 1-1623848-0 214
4290P105K 1-1623848-3 214
4290P201K 1623848-2 214
4290P202K 1623848-5 214

4290P203K 1623848-8 214
4290P204K 1-1623848-1 214
4290P501K 1623848-3 214
4290P502K 1623848-6 214
4290P503K 1623848-9 214
4290P504K 1-1623848-2 214
4290W100K 1623849-1 214
4290W101K 1623849-4 214
4290W102K 1623849-7 214
4290W103K 1-1623849-0 214
4290W104K 1-1623849-3 214
4290W105K 1-1623849-6 214
4290W200K 1623849-2 214
4290W201K 1623849-5 214
4290W202K 1623849-8 214
4290W203K 1-1623849-1 214
4290W204K 1-1623849-4 214
4290W205K 1-1623849-7 214
4290W500K 1623849-3 214
4290W501K 1623849-6 214
4290W502K 1623849-9 214
4290W503K 1-1623849-2 214
4290W504K 1-1623849-5 214
4290X100K 1623850-1 214
4290X101K 1623850-4 214
4290X102K 1623850-7 214
4290X103K 1-1623850-0 214
4290X104K 1-1623850-3 214
4290X105K 1-1623850-8 214
4290X200K 1623850-2 214
4290X201K 1623850-5 214
4290X202K 1623850-8 214
4290X203K 1-1623850-1 214
4290X204K 1-1623850-4 214
4290X205K 1-1623850-6 214
4290X500K 1623850-3 214
4290X501K 1623850-6 214
4290X502K 1623850-9 214
4290X503K 1-1623850-2 214
4290X504K 1-1623850-5 214
4290X505K 1-1623850-7 214
4290Y100K 1623851-1 214
4290Y101K 1623851-4 214
4290Y102K 1623851-7 214
4290Y103K 1-1623851-0 214
4290Y104K 1-1623851-3 214
4290Y105K 1-1623851-6 214
4290Y200K 1623851-2 214
4290Y201K 1623851-5 214
4290Y202K 1623851-8 214
4290Y203K 1-1623851-1 214
4290Y204K 1-1623851-4 214
4290Y205K 1-1623851-7 214
4290Y500K 1623851-3 214
4290Y501K 1623851-6 214
4290Y502K 1623851-9 214
4290Y503K 1-1623851-2 214
4290Y504K 1-1623851-5 214
4290Y505K 1-1623851-8 214
4295L100K 1623839-1 208
4295L101K 1623839-4 208
4295L102K 1623839-7 208
4295L103K 1-1623839-0 208
4295L104K 1-1623839-3 208
4295L105K 1-1623839-6 208
4295L200K 1623839-2 208
4295L201K 1623839-5 208
4295L202K 1623839-8 208
4295L203K 1-1623839-1 208
4295L204K 1-1623839-4 208
4295L205K 1-1623839-7 208
4295L500K 1623839-3 208
4295L501K 1623839-6 208
4295L502K 1623839-9 208
4295L503K 1-1623839-2 208
4295L504K 1-1623839-5 208
4295M100K 1623837-1 208
4295M101K 1623837-4 208
4295M102K 1623837-7 208
4295M103K 1-1623837-0 208
4295M104K 1-1623837-3 208
4295M105K 1-1623837-6 208
4295M200K 1623837-2 208
4295M201K 1623837-5 208
4295M202K 1623837-8 208
4295M203K 1-1623837-1 208
4295M204K 1-1623837-4 208
4295M205K 1-1623837-7 208
4295M500K 1623837-3 208
4295M501K 1623837-6 208
4295M502K 1623837-9 208
4295M503K 1-1623837-2 208

* Please contact your Sales Representative for parts not listed



Part Number Index

Brand Part Number to Tyco Electronics Part Number Cross Reference *

Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

261

Part Num
ber Index

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

4295M504K 1-1623837-5 208
4295MF102 1623841-2 208
4295MF103 1623841-3 208
4295MF104 1623841-4 208
4295MF105 1623841-7 208
4295MF201 1623841-5 208
4295MF203 1623841-8 208
4295MF501 1623841-9 208
4295MF502 1623841-6 208
4295MF504 1-1623841-0 208
4295P100K 1623836-1 208
4295P101K 1623836-4 208
4295P102K 1623836-7 208
4295P103K 1-1623836-0 208
4295P104K 1-1623836-3 208
4295P105K 1-1623836-6 208
4295P200K 1623836-2 208
4295P201K 1623836-5 208
4295P202K 1623836-8 208
4295P203K 1-1623836-1 208
4295P204K 1-1623836-4 208
4295P205K 1-1623836-7 208
4295P500K 1623836-3 208
4295P501K 1623836-6 208
4295P502K 1623836-9 208
4295P503K 1-1623836-2 208
4295P504K 1-1623836-5 208
4295PF103K 2-1623841-0 208
4295X/H100K 1623840-1 208
4295X/H101K 1623840-4 208
4295X/H102K 1623840-7 208
4295X/H103K 1-1623840-0 208
4295X/H104K 1-1623840-3 208
4295X/H105K 1-1623840-5 208
4295X/H200K 1623840-2 208
4295X/H201K 1623840-5 208
4295X/H202K 1623840-8 208
4295X/H203K 1-1623840-1 208
4295X/H204K 1-1623840-4 208
4295X/H205K 1-1623840-6 208
4295X/H500K 1623840-3 208
4295X/H501K 1623840-6 208
4295X/H502K 1623840-9 208
4295X/H503K 1-1623840-2 208
4295X/H504K 1-1623840-7 208
4295X100K 1623838-1 208
4295X101K 1623838-4 208
4295X102K 1623838-7 208
4295X103K 1-1623838-0 208
4295X104K 1-1623838-3 208
4295X105K 1-1623838-6 208
4295X200K 1623838-2 208
4295X201K 1623838-5 208
4295X202K 1623838-8 208
4295X203K 1-1623838-1 208
4295X204K 1-1623838-4 208
4295X205K 1-1623838-7 208
4295X500K 1623838-3 208
4295X501K 1623838-6 208
4295X502K 1623838-9 208
4295X503K 1-1623838-2 208
4295X504K 1-1623838-5 208
4295XF103 1623843-1 208
4295XF104 1623843-2 208
4295XF201 1623843-3 208
4295XF501 1623843-4 208
433PW100K 1623866-1 215
433PW101K 1623866-4 215
433PW102K 1623866-7 215
433PW103K 1-1623866-0 215
433PW104K 1-1623866-3 215
433PW105K 1-1623866-6 215
433PW200K 1623866-2 215
433PW201K 1623866-5 215
433PW202K 1623866-8 215
433PW203K 1-1623866-1 215
433PW204K 1-1623866-4 215
433PW205K 1-1623866-7 215
433PW500K 1623866-3 215
433PW501K 1623866-6 215
433PW502K 1623866-9 215
433PW503K 1-1623866-2 215
433PW504K 1-1623866-5 215
446MTA202N 1623898-1 196
446MTA501N 1623898-2 196
446MTA502N 1623898-3 196
446MTA503N 1623898-4 196
470100K 1623831-1 198
470101K 1623831-4 198
470102K 1623831-7 198
470103K 1-1623831-0 198
470104K 1-1623831-3 198

470105K 1-1623831-6 198
470200K 1623831-2 198
470201K 1623831-5 198
470202K 1623831-8 198
470203K 1-1623831-1 198
470204K 1-1623831-4 198
470500K 1623831-3 198
470501K 1623831-6 198
470502K 1623831-9 198
470503K 1-1623831-2 198
470504K 1-1623831-5 198
51102A 1624191-3 226
51103A 1624191-5 226
51103B 1-1624191-1 226
51103C 1-1624191-5 226
51104A 1624191-8 226
51104B 1-1624191-4 226
51105A 1-1624191-0 226
51222A 1-1624191-9 226
51223A 1624191-6 226
51223B 1-1624191-2 226
51224A 1624191-9 226
51471A 1624191-2 226
51472A 1624191-4 226
51472B 2-1624191-1 226
51473A 1624191-7 226
51473B 1-1624191-3 226
51474A 2-1624191-0 226
53102A 1624192-5 226
53103A 1624192-7 226
53103ALP 1624192-2 226
53103BLP 1624192-3 226
53103C 1-1624192-7 226
53104A 1-1624192-0 226
53104C 1-1624192-6 226
53105A 1-1624192-1 226
53222A 1-1624192-2 226
53223A 1624192-8 226
53224A 1-1624192-3 226
53471A 1624192-4 226
53472A 1624192-6 226
53473A 1624192-9 226
53474A 1-1624192-4 226
54102A630PL 1624227-3 226
54103A630PL 1624227-6 226
54104A630PL 1624227-9 226
54105A630PL 1-1624227-2 226
54222A630PL 1624227-4 226
54223A630PL 1624227-7 226
54224A630PL 1-1624227-0 226
54471A630PL 1-1624227-3 226
54472A630PL 1624227-5 226
54473A630PL 1624227-8 226
54474A630PL 1-1624227-1 226
55103B630PL 1624228-1 226
56102A420PL 1624229-3 226
56103A630PL 1624229-6 226
56104A630PL 1624229-9 226
56105A630PL 1-1624229-2 226
5610A2630PL 1624229-4 226
56222A630PL 1-1624229-4 226
56223A630PL 1624229-7 226
56224A630PL 1-1624229-0 226
56471A630PL 1-1624229-3 226
56472A630PL 1624229-5 226
56473A630PL 1624229-8 226
56474A630PL 1-1624229-1 226
5904620081 1625895-1 226
5904620091 1625895-2 226
5904620101 1625895-3 226
5904620111 1625895-4 226
5904620121 1625895-5 226
5930SA102JSR 2-1623755-2 242
5930SA103JSR 2-1623755-3 242
5930SA104JSR 2-1623755-4 242
5930SA201JSR 2-1623755-5 242
5930SA202JSR 2-1623755-6 242
5930SA203JSR 2-1623755-7 242
5930SA501JSR 2-1623755-8 242
5930SA502JSR 2-1623755-9 242
5930SA503JSR 3-1623755-0 242
61103A420PL 1624230-4 226
61473C420PL 1624230-3 226
81582A103J375J 1624328-1 156
81582A151J280J 1624328-5 156
81582A400J280J 1624328-2 156
81582A501J325J 1624328-3 156
81582A502J355J 1624328-7 156
81582A600J280E 1624328-6 156
81582B103J375J 1624328-4 156
BCV SUPPORT PILLARS 1623721-1 54
BDS2A100100RK 1614782-1 74

BDS2A10010KK 1614782-2 74
BDS2A10010RK 1614782-3 74
BDS2A100150RK 1614782-4 74
BDS2A10015RK 1614782-5 74
BDS2A1001K0K 1614782-6 74
BDS2A1001R0K 1614782-7 74
BDS2A100220RK 1614782-8 74
BDS2A10022RK 1614782-9 74
BDS2A1002K2K 1-1614782-0 74
BDS2A1002R2K 1-1614782-1 74
BDS2A100330RK 2-1614782-3 74
BDS2A10033RK 1-1614782-2 74
BDS2A1003R3K 1-1614782-3 74
BDS2A100470RK 1-1614782-4 74
BDS2A10047RK 1-1614782-5 74
BDS2A1004K7K 1-1614782-6 74
BDS2A1004R7K 1-1614782-7 74
BDS2A1005R0J 2-1614782-4 74
BDS2A1005R0K 1-1614782-8 74
BDS2A100680RK 1-1614782-9 74
BDS2A10068RK 2-1614782-0 74
BDS2A1006K8K 2-1614782-1 74
BDS2A1006R8K 2-1614782-2 74
BDS2A10080RK 2-1614782-5 74
BDS2A250100KK 1614770-1 76
BDS2A250100RJ 5-1614770-7 76
BDS2A250100RK 1614770-2 76
BDS2A25010KK 1614770-3 76
BDS2A25010RK 1614770-4 76
BDS2A250120KF 1614770-5 76
BDS2A250132KK 1614770-6 76
BDS2A250135RJ 5-1614770-1 76
BDS2A25014RK 1614770-7 76
BDS2A250150KJ 5-1614770-8 76
BDS2A250150RK 1614770-8 76
BDS2A25015RJ 5-1614770-9 76
BDS2A25015RK 1614770-9 76
BDS2A2501K0K 1-1614770-0 76
BDS2A2501K6K 5-1614770-6 76
BDS2A2501K8K 6-1614770-5 76
BDS2A2501M0J 4-1614770-8 76
BDS2A2501M0K 1-1614770-1 76
BDS2A2501R0K 1-1614770-2 76
BDS2A250200KJ 5-1614770-5 76
BDS2A25020RK 1-1614770-3 76
BDS2A250220RJ 4-1614770-9 76
BDS2A250220RK 1-1614770-4 76
BDS2A25022RF 5-1614770-0 76
BDS2A25022RK 1-1614770-5 76
BDS2A25025KK 6-1614770-0 76
BDS2A25028R5K 1-1614770-6 76
BDS2A2502K2K 4-1614770-7 76
BDS2A2502K7J 5-1614770-4 76
BDS2A2502R0J 1-1614770-7 76
BDS2A2502R2K 1-1614770-8 76
BDS2A25033RK 1-1614770-9 76
BDS2A250390RK 2-1614770-0 76
BDS2A2503K3K 2-1614770-1 76
BDS2A2503R3K 2-1614770-2 76
BDS2A2503R43G 2-1614770-3 76
BDS2A2503R43K 2-1614770-4 76
BDS2A25040RJ 6-1614770-1 76
BDS2A25043RF 2-1614770-5 76
BDS2A250440RK 2-1614770-6 76
BDS2A25044KJ 2-1614770-7 76
BDS2A25044RK 2-1614770-8 76
BDS2A250470RK 2-1614770-9 76
BDS2A25047KK 3-1614770-0 76
BDS2A25047RK 3-1614770-1 76
BDS2A2504K7K 3-1614770-2 76
BDS2A2504R0J 6-1614770-2 76
BDS2A2504R7K 3-1614770-3 76
BDS2A25050KF 5-1614770-2 76
BDS2A25050RK 3-1614770-4 76
BDS2A25056KJ 6-1614770-3 76
BDS2A250600RJ 5-1614770-3 76
BDS2A2506K8G 3-1614770-5 76
BDS2A2506R8K 3-1614770-7 76
BDS2A25077RJ 6-1614770-4 76
BDS2A2507K5J 3-1614770-8 76
BDS2A2507KK 4-1614770-6 76
BDS2A250800RK 3-1614770-9 76
BDS2A25082KG 4-1614770-0 76
BDS2A25088RF 4-1614770-1 76
BDS2A25088RK 4-1614770-2 76
BDS2A2508K2K 4-1614770-3 76
BDS2A600100RJ 3-1623817-2 78
BDS2A60010KK 1623817-1 78
BDS2A60015KG 3-1623817-0 78
BDS2A60015KK 3-1623817-1 78
BDS2A600220RJ 1623817-2 78
BDS2A60022RK 1623817-3 78

BDS2A6008R0K 1623817-4 78
BDS2C1001K0K 1613151-1 74
BDS4B100100RK 1614783-4 74
BDS4B1001R0K 1614783-2 74
BDS4B100R47K 1614783-3 74
BDS4B2501R0K 4-1614770-4 76
BDS4B250R47K 4-1614770-5 76
BDS4D100100KK 1614784-1 74
BDS4D10015RK 1614784-3 74
BDS4D10022RK 1614784-2 74
BDS4E10022RK 1614785-1 74
BDS4E1004K7K 1614785-2 74
BDS4F100100KK 1614786-1 74
BDS4F1008K0K 1614786-2 74
BFA105R6 1625807-1 250
BFA1560R 1625807-2 250
BFA2120R 1625807-3 250
BFA433R 1625807-4 250
BFA519R 1625807-6 250
BFA522R 1625807-5 250
C10100RJL 1623773-7 56
C1010KJL 1623773-8 56
C10150RJL 1623773-2 56
C1015KJL 1623773-9 56
C1015RJL 1-1623773-0 56
C1018KJL 1623773-3 56
C101K0JL 1-1623773-1 56
C101K2JL 1623773-4 56
C101K5JL 1-1623773-2 56
C101R0JL 1-1623773-3 56
C101R5JL 1-1623773-4 56
C10220RJL 1-1623773-5 56
C1022KJL 1-1623773-6 56
C1022RJL 1-1623773-7 56
C102K2JL 1-1623773-8 56
C102R2JL 1-1623773-9 56
C10330RJL 2-1623773-0 56
C1033KJL 2-1623773-1 56
C1033RJL 2-1623773-2 56
C103K3JL 2-1623773-3 56
C103R3JL 2-1623773-4 56
C103R6JL 1623773-5 56
C10470RJL 2-1623773-5 56
C1047KJL 2-1623773-6 56
C1047RJL 2-1623773-7 56
C104K7JL 2-1623773-8 56
C104R7JL 1623773-6 56
C10560RJL 3-1623773-6 56
C10680RJL 2-1623773-9 56
C1068RJL 3-1623773-0 56
C106K8JL 3-1623773-1 56
C106R8JL 3-1623773-2 56
C1075RJL 3-1623773-8 56
C107K3JL 4-1623773-0 56
C107K5JL 3-1623773-5 56
C1091RJL 3-1623773-9 56
C10R22JL 3-1623773-7 56
C10R47JL 3-1623773-3 56
C10R68JL 3-1623773-4 56
C14100KJL 1-1623774-3 56
C14100RJL 1-1623774-4 56
C1410KJL 1-1623774-5 56
C1410RJL 1-1623774-6 56
C14150RJL 1-1623774-7 56
C1415KJL 1-1623774-8 56
C1415RJL 1-1623774-9 56
C14180RGL 1623774-1 56
C14180RJL 1623774-2 56
C1418KJL 1623774-3 56
C141K0JL 2-1623774-0 56
C141K5JL 2-1623774-1 56
C141R0JL 2-1623774-2 56
C141R5JL 2-1623774-3 56
C14220RJL 2-1623774-4 56
C1422KJL 2-1623774-5 56
C1422RJL 1623774-4 56
C14270RJL 4-1623774-3 56
C142K2JL 2-1623774-6 56
C142R2JL 2-1623774-7 56
C142R7JL 1623774-5 56
C14330RJL 2-1623774-8 56
C1433KJL 2-1623774-9 56
C1433RJL 3-1623774-0 56
C14390RJL 1623774-6 56
C1439RJL 1623774-7 56
C143K3JL 3-1623774-1 56
C143R3JL 3-1623774-2 56
C14470RJL 3-1623774-3 56
C1447KJL 3-1623774-4 56
C1447RJL 1623774-8 56
C144K7JL 3-1623774-5 56
C144R7JL 3-1623774-6 56

* Please contact your Sales Representative for parts not listed
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C14560RJL 1623774-9 56
C14680RJL 1-1623774-0 56
C1468KJL 3-1623774-7 56
C1468RJL 3-1623774-8 56
C146K8JL 3-1623774-9 56
C146R8JL 4-1623774-0 56
C1482RJL 1-1623774-1 56
C14R12JL 1-1623774-2 56
C14R47JL 4-1623774-1 56
C14R68JL 4-1623774-2 56
C3A100RGT 1623771-1 56
C3A100RJT 1623771-2 56
C3A10KJT 1623771-3 56
C3A10RJT 1623771-5 56
C3A120RJT 1623771-6 56
C3A12RJT 6-1623771-9 56
C3A150RJT 1623771-7 56
C3A15RJT 1623771-8 56
C3A160RJT 1623771-9 56
C3A180RJT 7-1623771-0 56
C3A18RJT 7-1623771-1 56
C3A1K0JT 1-1623771-1 56
C3A1K2JT 1-1623771-2 56
C3A1K5GT 1-1623771-3 56
C3A1K5JT 9-1623771-3 56
C3A1K8JT 1-1623771-4 56
C3A1R0JT 1-1623771-5 56
C3A1R2JT 7-1623771-2 56
C3A1R5JT 1-1623771-6 56
C3A1R8JT 1-1623771-7 56
C3A200RJT 7-1623771-3 56
C3A20RJT 1-1623771-8 56
C3A220RJT 2-1623771-0 56
C3A22RJT 2-1623771-1 56
C3A240RJT 2-1623771-2 56
C3A270RGT 2-1623771-3 56
C3A270RJT 2-1623771-4 56
C3A27RJT 2-1623771-5 56
C3A2K0JT 7-1623771-4 56
C3A2K2JT 2-1623771-6 56
C3A2K7JT 7-1623771-5 56
C3A2R0JT 7-1623771-6 56
C3A2R2JT 2-1623771-7 56
C3A2R7JT 7-1623771-7 56
C3A30RJT 7-1623771-8 56
C3A330RJT 7-1623771-9 56
C3A33RJT 2-1623771-8 56
C3A360RJT 9-1623771-7 56
C3A390RJT 2-1623771-9 56
C3A39RJT 3-1623771-0 56
C3A3K0JT 8-1623771-0 56
C3A3K3JT 3-1623771-1 56
C3A3K9JT 3-1623771-2 56
C3A3R0JT 8-1623771-1 56
C3A3R3JT 3-1623771-3 56
C3A3R9JT 8-1623771-2 56
C3A470RJT 3-1623771-4 56
C3A47RJT 3-1623771-5 56
C3A4K7JT 3-1623771-6 56
C3A4R3JT 9-1623771-5 56
C3A4R7JT 3-1623771-7 56
C3A510RJT 3-1623771-8 56
C3A51RJT 8-1623771-3 56
C3A560RJT 3-1623771-9 56
C3A56RGT 4-1623771-0 56
C3A56RJT 4-1623771-1 56
C3A5K6JT 4-1623771-2 56
C3A5R1JT 8-1623771-4 56
C3A5R6JT 4-1623771-3 56
C3A620RJT 8-1623771-5 56
C3A62RJT 8-1623771-6 56
C3A680RJT 4-1623771-4 56
C3A68RJT 4-1623771-5 56
C3A6K8JT 4-1623771-6 56
C3A6R8JT 4-1623771-7 56
C3A750RJT 8-1623771-7 56
C3A75RJT 4-1623771-8 56
C3A7R5JT 8-1623771-8 56
C3A820RJT 8-1623771-9 56
C3A82RGT 9-1623771-6 56
C3A82RJT 4-1623771-9 56
C3A8K2JT 5-1623771-0 56
C3A8R2JT 5-1623771-1 56
C3A91RJT 5-1623771-2 56
C3AR10JT 5-1623771-3 56
C3AR11JT 5-1623771-4 56
C3AR12JT 5-1623771-5 56
C3AR13JT 9-1623771-4 56
C3AR15JT 5-1623771-6 56
C3AR18JT 5-1623771-7 56
C3AR20JT 9-1623771-0 56
C3AR22JT 5-1623771-8 56

C3AR27JT 5-1623771-9 56
C3AR33JT 6-1623771-0 56
C3AR39JT 6-1623771-1 56
C3AR47GT 6-1623771-2 56
C3AR47JT 6-1623771-3 56
C3AR50JT 6-1623771-4 56
C3AR51JT 9-1623771-1 56
C3AR56JT 6-1623771-5 56
C3AR68FT 6-1623771-8 56
C3AR68JT 6-1623771-6 56
C3AR82JT 9-1623771-2 56
C7100RGT 1623772-1 56
C7100RJT 1623772-2 56
C710KJT 1623772-3 56
C710RGT 1623772-4 56
C710RJT 1623772-5 56
C7120RGT 1623772-6 56
C7120RJT 1623772-7 56
C712KJT 1623772-8 56
C712RJT 1623772-9 56
C7150RJT 1-1623772-0 56
C715KJT 1-1623772-1 56
C715RJT 7-1623772-8 56
C7180RJT 1-1623772-2 56
C718KJT 1-1623772-3 56
C718RJT 8-1623772-0 56
C71K0JT 1-1623772-4 56
C71K2JT 1-1623772-5 56
C71K5JT 8-1623772-1 56
C71K8JT 1-1623772-6 56
C71R0GT 1-1623772-7 56
C71R0JT 1-1623772-8 56
C71R2JT 1-1623772-9 56
C71R5JT 8-1623772-2 56
C71R8JT 8-1623772-3 56
C7200RJT 2-1623772-0 56
C720KJT 2-1623772-2 56
C7220RJT 2-1623772-3 56
C722KJT 2-1623772-4 56
C722RJT 2-1623772-5 56
C7240RGT 2-1623772-6 56
C7270RGT 2-1623772-7 56
C7270RJT 2-1623772-8 56
C727KJT 2-1623772-9 56
C727RJT 3-1623772-0 56
C7295RFT 3-1623772-1 56
C72K0JT 8-1623772-4 56
C72K2JT 3-1623772-2 56
C72K7JT 8-1623772-5 56
C72R0JT 8-1623772-6 56
C72R2GT 3-1623772-3 56
C72R2JT 3-1623772-4 56
C72R7JT 3-1623772-5 56
C7300RJT 3-1623772-6 56
C7307RGT 3-1623772-7 56
C7320RGT 3-1623772-8 56
C7330RJT 3-1623772-9 56
C733KJT 4-1623772-0 56
C733RJT 4-1623772-1 56
C7390RJT 4-1623772-2 56
C739RJT 4-1623772-3 56
C73K3JT 4-1623772-4 56
C73K9JT 4-1623772-5 56
C73R3JT 4-1623772-6 56
C73R9JT 4-1623772-7 56
C7470RJR 4-1623772-9 56
C7470RJT 5-1623772-0 56
C747RJT 5-1623772-1 56
C74K7JT 8-1623772-7 56
C74R7JT 5-1623772-2 56
C750RGT 5-1623772-3 56
C751RJT 8-1623772-8 56
C7560RJT 5-1623772-4 56
C756RJT 5-1623772-5 56
C75K6JT 5-1623772-6 56
C75R1JT 8-1623772-9 56
C75R6JT 5-1623772-7 56
C7620RJT 9-1623772-6 56
C762RJT 5-1623772-8 56
C7680RJT 5-1623772-9 56
C768RJT 6-1623772-0 56
C76K8JT 7-1623772-9 56
C76R8JT 6-1623772-1 56
C7750RJT 9-1623772-0 56
C7820RJT 6-1623772-2 56
C782RJT 6-1623772-3 56
C78K2JT 6-1623772-4 56
C78R2JT 6-1623772-5 56
C7R10JT 6-1623772-6 56
C7R12JT 9-1623772-1 56
C7R15JT 6-1623772-7 56
C7R16JT 9-1623772-5 56

C7R18JT 6-1623772-8 56
C7R22JT 6-1623772-9 56
C7R24JT 7-1623772-0 56
C7R27JR 7-1623772-1 56
C7R27JT 7-1623772-2 56
C7R33JT 7-1623772-3 56
C7R39JT 7-1623772-4 56
C7R47JT 7-1623772-5 56
C7R50JT 9-1623772-2 56
C7R51JT 9-1623772-3 56
C7R56JT 9-1623772-4 56
C7R68JT 7-1623772-6 56
C7R82JT 7-1623772-7 56
C7R90GT 9-1623772-7 56
CB10LH101M 1630478-1 202
CB10LH102M 1630478-2 202
CB10LH103M 1630478-3 202
CB10LH104M 1630478-4 202
CB10LH105M 1630478-5 202
CB10LH106N 1630478-6 202
CB10LH221M 1630478-7 202
CB10LH222M 1630478-8 202
CB10LH223M 1630478-9 202
CB10LH224M 1-1630478-0 202
CB10LH225N 1-1630478-1 202
CB10LH471M 1-1630478-2 202
CB10LH472M 1-1630478-3 202
CB10LH473M 1-1630478-4 202
CB10LH474M 1-1630478-5 202
CB10LH475N 1-1630478-6 202
CB10LV101M 1630480-1 202
CB10LV102M 1630480-2 202
CB10LV103K 1-1630480-8 202
CB10LV103M 1630480-3 202
CB10LV104M 1630480-4 202
CB10LV105M 1630480-5 202
CB10LV106N 1630480-6 202
CB10LV221M 1630480-7 202
CB10LV222M 1630480-8 202
CB10LV223M 1630480-9 202
CB10LV224M 1-1630480-0 202
CB10LV225N 1-1630480-1 202
CB10LV252M 1-1630480-2 202
CB10LV471M 1-1630480-3 202
CB10LV472M 1-1630480-4 202
CB10LV473M 1-1630480-5 202
CB10LV474M 1-1630480-6 202
CB10LV475N 1-1630480-7 202
CB10MH101M 1630479-1 202
CB10MH101ME 1630479-2 202
CB10MH102M 1630479-3 202
CB10MH102ME 1630479-4 202
CB10MH103M 1630479-5 202
CB10MH103ME 1630479-6 202
CB10MH104M 1630479-7 202
CB10MH104ME 1630479-8 202
CB10MH105M 1630479-9 202
CB10MH105ME 1-1630479-0 202
CB10MH221M 1-1630479-1 202
CB10MH221ME 1-1630479-2 202
CB10MH222M 1-1630479-3 202
CB10MH222ME 1-1630479-4 202
CB10MH223M 1-1630479-5 202
CB10MH223ME 1-1630479-6 202
CB10MH224M 1-1630479-7 202
CB10MH224ME 1-1630479-8 202
CB10MH225N 1-1630479-9 202
CB10MH225NE 2-1630479-0 202
CB10MH471M 2-1630479-1 202
CB10MH471ME 2-1630479-2 202
CB10MH472M 2-1630479-3 202
CB10MH472ME 2-1630479-4 202
CB10MH473M 2-1630479-5 202
CB10MH473ME 2-1630479-6 202
CB10MH474M 2-1630479-7 202
CB10MH474ME 2-1630479-8 202
CB10MV101M 1630481-1 202
CB10MV101ME 1630481-2 202
CB10MV102M 1630481-3 202
CB10MV102ME 1630481-4 202
CB10MV103KE 3-1630481-2 202
CB10MV103M 1630481-5 202
CB10MV103ME 1630481-6 202
CB10MV104M 1630481-7 202
CB10MV104ME 1630481-8 202
CB10MV105M 1630481-9 202
CB10MV105ME 1-1630481-0 202
CB10MV221M 1-1630481-1 202
CB10MV221ME 1-1630481-2 202
CB10MV222M 1-1630481-3 202
CB10MV222ME 1-1630481-4 202
CB10MV223M 1-1630481-5 202

CB10MV223ME 1-1630481-6 202
CB10MV224M 1-1630481-7 202
CB10MV224ME 1-1630481-8 202
CB10MV225N 1-1630481-9 202
CB10MV225NE 2-1630481-0 202
CB10MV471M 2-1630481-1 202
CB10MV471ME 2-1630481-2 202
CB10MV472M 2-1630481-3 202
CB10MV472ME 2-1630481-4 202
CB10MV473M 2-1630481-5 202
CB10MV473MC 2-1630481-6 202
CB10MV473ME 2-1630481-7 202
CB10MV474M 2-1630481-8 202
CB10MV474ME 2-1630481-9 202
CB10MV475N 3-1630481-0 202
CB10MV475NE 3-1630481-1 202
CB15KV12103MB 1676831-6 210
CB15KV17103MB 1676831-1 210
CB15LV12203M 1676831-2 210
CB15NH5104M 1676831-3 210
CB15NV12203M 1676831-5 210
CB15NV12503M 1676831-4 210
CBT25K100R 1625875-1 149
CBT25K10R 1625875-2 149
CBT50J100R 2-1625876-9 149
CBT50J1K0 1-1625876-8 149
CBT50J1M8 1625876-1 149
CBT50J1R0 1-1625876-7 149
CBT50J200K 3-1625876-0 149
CBT50J22R 1625876-2 149
CBT50J27R 2-1625876-0 149
CBT50J2R2 2-1625876-6 149
CBT50J3K3 1625876-3 149
CBT50J3R3 1625876-4 149
CBT50J47R 1625876-5 149
CBT50J4R7 2-1625876-1 149
CBT50J680R 2-1625876-3 149
CBT50K100K 1625876-6 149
CBT50K100R 1625876-7 149
CBT50K10K 1625876-8 149
CBT50K10R 1625876-9 149
CBT50K220R 1-1625876-0 149
CBT50K22R 2-1625876-4 149
CBT50K270K 1-1625876-1 149
CBT50K2K2 2-1625876-8 149
CBT50K2R2 1-1625876-3 149
CBT50K2R7 1-1625876-9 149
CBT50K33R 2-1625876-7 149
CBT50K470R 2-1625876-5 149
CBT50K47R 1-1625876-4 149
CBT50K4M7 1-1625876-5 149
CBT50K56K 2-1625876-2 149
CBT50K680R 1-1625876-6 149
CCR1100KKTB 1623719-1 150
CCR122KKTB 1623719-2 150
CCR122RKTB 1623719-4 150
CCR133RKTB 1623719-3 150
CCR2100RKB 1623720-1 150
CCR210KKB 1623720-2 150
CCR210RKB 1623720-3 150
CCR21K0KB 1623720-4 150
CCR2220RKB 1623720-5 150
CCR222KKB 1623720-6 150
CCR222RKB 1623720-7 150
CCR233RKB 1-1623720-3 150
CCR2470RKB 1623720-8 150
CCR247KKB 1623720-9 150
CCR247RKB 1-1623720-0 150
CCR24K7KB 1-1623720-1 150
CCR24R7KB 1-1623720-2 150
CFH350A43RJ 1623821-4 102
CFH500A3R0J 1623821-6 102
CFH500B3R0J 1623821-1 102
CFH750A120RJ 1623821-2 102
CFH750A220RJ 1623821-3 102
CFH750A24RJ 1623821-5 102
CFR100J100K 1623925-1 140
CFR100J100R 1623925-2 140
CFR100J10K 1623925-3 140
CFR100J10R 1623925-4 140
CFR100J120R 1623925-5 140
CFR100J12K 1623925-6 140
CFR100J12R 5-1623925-2 140
CFR100J150K 1623925-7 140
CFR100J150R 1623925-8 140
CFR100J15K 1623925-9 140
CFR100J15R 1-1623925-1 140
CFR100J180K 1-1623925-2 140
CFR100J180R 1-1623925-3 140
CFR100J18K 1-1623925-4 140
CFR100J1K0 1-1623925-5 140
CFR100J1K2 1-1623925-6 140

* Please contact your Sales Representative for parts not listed
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CFR100J1K5 1-1623925-7 140
CFR100J1K8 1-1623925-8 140
CFR100J1M0 1-1623925-9 140
CFR100J1R0 5-1623925-3 140
CFR100J1R5 2-1623925-0 140
CFR100J220K 2-1623925-1 140
CFR100J220R 2-1623925-2 140
CFR100J22K 2-1623925-3 140
CFR100J22R 2-1623925-4 140
CFR100J270K 5-1623925-8 140
CFR100J270R 2-1623925-5 140
CFR100J27K 2-1623925-6 140
CFR100J2K2 2-1623925-7 140
CFR100J2K7 2-1623925-8 140
CFR100J2R2 5-1623925-4 140
CFR100J2R7 2-1623925-9 140
CFR100J330K 5-1623925-5 140
CFR100J330R 3-1623925-1 140
CFR100J33K 3-1623925-2 140
CFR100J33R 3-1623925-3 140
CFR100J390R 3-1623925-4 140
CFR100J39R 5-1623925-6 140
CFR100J3K3 3-1623925-5 140
CFR100J3K9 3-1623925-6 140
CFR100J3R3 3-1623925-7 140
CFR100J470K 3-1623925-8 140
CFR100J470R 3-1623925-9 140
CFR100J47K 4-1623925-0 140
CFR100J47R 4-1623925-1 140
CFR100J4K7 4-1623925-2 140
CFR100J4R7 5-1623925-9 140
CFR100J560K 4-1623925-3 140
CFR100J560R 4-1623925-4 140
CFR100J56K 4-1623925-5 140
CFR100J5R6 6-1623925-0 140
CFR100J680K 4-1623925-6 140
CFR100J680R 4-1623925-7 140
CFR100J68K 4-1623925-8 140
CFR100J68R 4-1623925-9 140
CFR100J6K8 5-1623925-0 140
CFR100J82K 5-1623925-7 140
CFR100J8K2 5-1623925-1 140
CFR16J100K 1623927-1 140
CFR16J100R 1623927-2 140
CFR16J10K 1623927-4 140
CFR16J10M 7-1623927-5 140
CFR16J10R 1623927-6 140
CFR16J11K 7-1623927-3 140
CFR16J120K 1623927-7 140
CFR16J120R 1623927-8 140
CFR16J12K 1623927-9 140
CFR16J12R 1-1623927-0 140
CFR16J13K 1-1623927-1 140
CFR16J150K 1-1623927-2 140
CFR16J150R 1-1623927-3 140
CFR16J15K 1-1623927-4 140
CFR16J15R 1-1623927-5 140
CFR16J160K 7-1623927-2 140
CFR16J180K 1-1623927-7 140
CFR16J180R 1-1623927-8 140
CFR16J18K 2-1623927-1 140
CFR16J18R 2-1623927-2 140
CFR16J1K0 2-1623927-3 140
CFR16J1K2 2-1623927-6 140
CFR16J1K5 2-1623927-8 140
CFR16J1K8 3-1623927-0 140
CFR16J1M0 3-1623927-1 140
CFR16J1M2 3-1623927-3 140
CFR16J1M5 3-1623927-6 140
CFR16J1M8 3-1623927-7 140
CFR16J1R0 3-1623927-9 140
CFR16J1R2 4-1623927-1 140
CFR16J1R5 4-1623927-2 140
CFR16J1R8 4-1623927-3 140
CFR16J200K 4-1623927-4 140
CFR16J200R 4-1623927-5 140
CFR16J20K 4-1623927-6 140
CFR16J220K 4-1623927-8 140
CFR16J220R 4-1623927-9 140
CFR16J22K 5-1623927-0 140
CFR16J22R 5-1623927-2 140
CFR16J240K 7-1623927-4 140
CFR16J270K 5-1623927-5 140
CFR16J270R 5-1623927-6 140
CFR16J27K 5-1623927-8 140
CFR16J27R 6-1623927-0 140
CFR16J2K0 6-1623927-1 140
CFR16J2K2 6-1623927-3 140
CFR16J2K4 6-1623927-4 140
CFR16J2K7 6-1623927-5 140
CFR16J2M2 6-1623927-6 140
CFR16J2M7 6-1623927-8 140

CFR16J2R2 7-1623927-0 140
CFR16J2R7 7-1623927-1 140
CFR16J300R 1623928-1 140
CFR16J30K 1623928-2 140
CFR16J330K 1623928-3 140
CFR16J330R 1623928-4 140
CFR16J33K 1623928-6 140
CFR16J33R 1623928-8 140
CFR16J36K 7-1623928-3 140
CFR16J390K 1-1623928-0 140
CFR16J390R 1-1623928-1 140
CFR16J39K 1-1623928-2 140
CFR16J39R 1-1623928-3 140
CFR16J3K0 7-1623928-0 140
CFR16J3K3 1-1623928-5 140
CFR16J3K6 7-1623928-4 140
CFR16J3K9 1-1623928-6 140
CFR16J3M3 1-1623928-7 140
CFR16J3M9 1-1623928-9 140
CFR16J3R3 2-1623928-0 140
CFR16J3R9 2-1623928-1 140
CFR16J43K 6-1623928-8 140
CFR16J470K 2-1623928-4 140
CFR16J470R 2-1623928-5 140
CFR16J47K 2-1623928-6 140
CFR16J47R 2-1623928-7 140
CFR16J4K3 7-1623928-2 140
CFR16J4K7 2-1623928-8 140
CFR16J4M7 2-1623928-9 140
CFR16J4R7 3-1623928-0 140
CFR16J51K 3-1623928-1 140
CFR16J51R 6-1623928-7 140
CFR16J560K 3-1623928-2 140
CFR16J560R 3-1623928-3 140
CFR16J56K 3-1623928-4 140
CFR16J56R 3-1623928-6 140
CFR16J5K1 3-1623928-7 140
CFR16J5K6 3-1623928-8 140
CFR16J5R6 4-1623928-0 140
CFR16J620K 7-1623928-5 140
CFR16J62K 6-1623928-9 140
CFR16J680K 4-1623928-1 140
CFR16J680R 4-1623928-2 140
CFR16J68K 4-1623928-4 140
CFR16J68R 4-1623928-5 140
CFR16J6K2 4-1623928-6 140
CFR16J6K8 4-1623928-8 140
CFR16J6R8 4-1623928-9 140
CFR16J750K 6-1623928-5 140
CFR16J75K 6-1623928-3 140
CFR16J75R 5-1623928-1 140
CFR16J7K5 6-1623928-4 140
CFR16J820K 5-1623928-3 140
CFR16J820R 5-1623928-5 140
CFR16J82K 5-1623928-6 140
CFR16J82R 5-1623928-7 140
CFR16J8K2 6-1623928-0 140
CFR16J8R2 6-1623928-1 140
CFR16J910R 6-1623928-2 140
CFR16J91K 7-1623928-1 140
CFR16J9K1 6-1623928-6 140
CFR200J100K 1623929-1 140
CFR200J100R 1623929-2 140
CFR200J10K 1623929-3 140
CFR200J10R 1623929-4 140
CFR200J120K 1623929-5 140
CFR200J120R 1623929-6 140
CFR200J12K 6-1623929-2 140
CFR200J150K 1623929-7 140
CFR200J150R 1623929-8 140
CFR200J15K 1-1623929-0 140
CFR200J15R 1-1623929-1 140
CFR200J180K 1-1623929-2 140
CFR200J180R 1-1623929-3 140
CFR200J18K 1-1623929-4 140
CFR200J1K0 1-1623929-5 140
CFR200J1K2 6-1623929-1 140
CFR200J1K5 1-1623929-6 140
CFR200J1K8 5-1623929-9 140
CFR200J1M0 1-1623929-8 140
CFR200J1R0 1-1623929-9 140
CFR200J220K 2-1623929-0 140
CFR200J220R 2-1623929-1 140
CFR200J22K 2-1623929-2 140
CFR200J22R 2-1623929-3 140
CFR200J270K 6-1623929-0 140
CFR200J270R 5-1623929-6 140
CFR200J27K 2-1623929-4 140
CFR200J2K2 2-1623929-5 140
CFR200J2K7 2-1623929-6 140
CFR200J2M2 2-1623929-7 140
CFR200J330K 2-1623929-8 140

CFR200J330R 2-1623929-9 140
CFR200J33K 3-1623929-0 140
CFR200J33R 3-1623929-1 140
CFR200J390R 3-1623929-4 140
CFR200J39K 3-1623929-5 140
CFR200J3K3 3-1623929-7 140
CFR200J3K9 3-1623929-8 140
CFR200J470K 3-1623929-9 140
CFR200J470R 4-1623929-0 140
CFR200J47K 4-1623929-1 140
CFR200J47R 4-1623929-2 140
CFR200J4K7 4-1623929-3 140
CFR200J4R7 4-1623929-4 140
CFR200J560R 4-1623929-5 140
CFR200J56K 4-1623929-6 140
CFR200J56R 4-1623929-7 140
CFR200J5K6 5-1623929-7 140
CFR200J680K 4-1623929-8 140
CFR200J680R 4-1623929-9 140
CFR200J68K 5-1623929-0 140
CFR200J68R 5-1623929-1 140
CFR200J6K8 5-1623929-8 140
CFR200J82K 5-1623929-2 140
CFR200J8K2 5-1623929-3 140
CFR200J8R2 5-1623929-4 140
CFR200J910R 5-1623929-5 140
CFR25J100K 1623930-1 140
CFR25J100R 1623930-2 140
CFR25J10K 1623930-3 140
CFR25J10M 1623930-4 140
CFR25J10R 1623930-5 140
CFR25J110K 1623930-6 140
CFR25J110R 1623930-7 140
CFR25J11R 1623930-8 140
CFR25J120K 1623930-9 140
CFR25J120R 1-1623930-0 140
CFR25J12K 1-1623930-1 140
CFR25J12R 1-1623930-2 140
CFR25J130K 1-1623930-3 140
CFR25J130R 1-1623930-4 140
CFR25J13K 1-1623930-5 140
CFR25J13R 1-1623930-6 140
CFR25J150K 1-1623930-7 140
CFR25J150R 1-1623930-8 140
CFR25J15K 2-1623930-0 140
CFR25J15R 2-1623930-1 140
CFR25J160K 2-1623930-2 140
CFR25J160R 2-1623930-3 140
CFR25J16K 2-1623930-4 140
CFR25J180K 2-1623930-5 140
CFR25J180R 2-1623930-6 140
CFR25J18K 2-1623930-7 140
CFR25J18R 2-1623930-8 140
CFR25J1K0 2-1623930-9 140
CFR25J1K1 3-1623930-0 140
CFR25J1K2 3-1623930-1 140
CFR25J1K3 3-1623930-2 140
CFR25J1K5 3-1623930-3 140
CFR25J1K8 3-1623930-4 140
CFR25J1M0 3-1623930-5 140
CFR25J1M2 3-1623930-6 140
CFR25J1M3 7-1623930-6 140
CFR25J1M5 3-1623930-8 140
CFR25J1M8 4-1623930-0 140
CFR25J1R0 4-1623930-1 140
CFR25J1R2 4-1623930-2 140
CFR25J1R3 4-1623930-4 140
CFR25J1R5 4-1623930-5 140
CFR25J1R8 4-1623930-7 140
CFR25J200K 4-1623930-8 140
CFR25J200R 4-1623930-9 140
CFR25J20K 5-1623930-0 140
CFR25J20R 5-1623930-1 140
CFR25J220K 5-1623930-2 140
CFR25J220R 5-1623930-4 140
CFR25J22K 5-1623930-5 140
CFR25J22R 5-1623930-6 140
CFR25J240K 5-1623930-7 140
CFR25J240R 5-1623930-8 140
CFR25J24K 5-1623930-9 140
CFR25J270K 6-1623930-0 140
CFR25J270R 6-1623930-2 140
CFR25J27K 6-1623930-3 140
CFR25J27R 6-1623930-4 140
CFR25J2K0 6-1623930-5 140
CFR25J2K2 6-1623930-6 140
CFR25J2K4 6-1623930-7 140
CFR25J2K7 6-1623930-8 140
CFR25J2M0 6-1623930-9 140
CFR25J2M2 7-1623930-1 140
CFR25J2M7 7-1623930-2 140
CFR25J2R0 7-1623930-3 140

CFR25J2R2 7-1623930-4 140
CFR25J2R7 7-1623930-5 140
CFR25J300K 1623931-1 140
CFR25J300R 1623931-2 140
CFR25J30K 1623931-3 140
CFR25J30R 1623931-4 140
CFR25J330K 1623931-5 140
CFR25J330R 1623931-7 140
CFR25J33K 1623931-8 140
CFR25J33R 1623931-9 140
CFR25J360K 1-1623931-0 140
CFR25J360R 1-1623931-1 140
CFR25J36K 1-1623931-3 140
CFR25J36R 1-1623931-4 140
CFR25J390K 1-1623931-5 140
CFR25J390R 1-1623931-6 140
CFR25J39K 1-1623931-8 140
CFR25J39R 1-1623931-9 140
CFR25J3K0 2-1623931-0 140
CFR25J3K3 2-1623931-1 140
CFR25J3K6 2-1623931-2 140
CFR25J3K9 2-1623931-3 140
CFR25J3M3 2-1623931-4 140
CFR25J3M9 2-1623931-5 140
CFR25J3R0 2-1623931-6 140
CFR25J3R3 2-1623931-8 140
CFR25J3R9 2-1623931-9 140
CFR25J430K 3-1623931-0 140
CFR25J430R 3-1623931-1 140
CFR25J43R 3-1623931-2 140
CFR25J470K 3-1623931-3 140
CFR25J470R 3-1623931-4 140
CFR25J47K 3-1623931-5 140
CFR25J47R 3-1623931-7 140
CFR25J4K3 8-1623931-8 140
CFR25J4K7 3-1623931-8 140
CFR25J4M7 4-1623931-0 140
CFR25J4R7 4-1623931-1 140
CFR25J510K 4-1623931-2 140
CFR25J510R 4-1623931-3 140
CFR25J51K 4-1623931-4 140
CFR25J51R 4-1623931-5 140
CFR25J560K 4-1623931-6 140
CFR25J560R 4-1623931-7 140
CFR25J56K 4-1623931-8 140
CFR25J56R 4-1623931-9 140
CFR25J5K1 5-1623931-1 140
CFR25J5K6 5-1623931-3 140
CFR25J5M6 5-1623931-4 140
CFR25J5R1 5-1623931-5 140
CFR25J5R6 5-1623931-6 140
CFR25J620K 5-1623931-7 140
CFR25J620R 5-1623931-8 140
CFR25J62K 5-1623931-9 140
CFR25J62R 6-1623931-0 140
CFR25J680K 6-1623931-1 140
CFR25J680R 6-1623931-2 140
CFR25J68K 6-1623931-3 140
CFR25J68R 6-1623931-4 140
CFR25J6K2 6-1623931-5 140
CFR25J6K8 6-1623931-6 140
CFR25J6M8 6-1623931-7 140
CFR25J6R8 6-1623931-8 140
CFR25J750K 7-1623931-0 140
CFR25J750R 7-1623931-1 140
CFR25J75K 7-1623931-2 140
CFR25J75R 7-1623931-4 140
CFR25J7K5 7-1623931-5 140
CFR25J820K 7-1623931-6 140
CFR25J820R 7-1623931-7 140
CFR25J82K 7-1623931-8 140
CFR25J82R 7-1623931-9 140
CFR25J8K2 8-1623931-1 140
CFR25J8M2 8-1623931-3 140
CFR25J8R2 8-1623931-4 140
CFR25J910K 8-1623931-5 140
CFR25J910R 8-1623931-6 140
CFR25J91K 8-1623931-7 140
CFR50J100K 1623932-5 140
CFR50J100R 1623932-6 140
CFR50J100R/S 1623932-7 140
CFR50J10K 1623932-8 140
CFR50J10K/S 1623932-9 140
CFR50J10M 1-1623932-0 140
CFR50J10M/S 8-1623932-1 140
CFR50J10R 1-1623932-1 140
CFR50J110R 1-1623932-2 140
CFR50J11K 1-1623932-3 140
CFR50J120K 1-1623932-4 140
CFR50J120R 1-1623932-6 140
CFR50J120R/S 8-1623932-5 140
CFR50J12K 1-1623932-7 140

* Please contact your Sales Representative for parts not listed
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CFR50J12R 2-1623932-0 140
CFR50J130R 2-1623932-1 140
CFR50J13K 2-1623932-2 140
CFR50J150K 2-1623932-3 140
CFR50J150R 2-1623932-4 140
CFR50J15K 2-1623932-6 140
CFR50J15R 2-1623932-8 140
CFR50J160R 2-1623932-9 140
CFR50J16K 8-1623932-2 140
CFR50J180K 3-1623932-0 140
CFR50J180K/S 8-1623932-4 140
CFR50J180R 3-1623932-1 140
CFR50J18K 3-1623932-2 140
CFR50J18R 3-1623932-4 140
CFR50J1K0 3-1623932-6 140
CFR50J1K0/S 3-1623932-7 140
CFR50J1K1 3-1623932-8 140
CFR50J1K2 3-1623932-9 140
CFR50J1K3 4-1623932-1 140
CFR50J1K5 4-1623932-2 140
CFR50J1K6 4-1623932-3 140
CFR50J1K8 4-1623932-4 140
CFR50J1M0 4-1623932-5 140
CFR50J1M0/S 8-1623932-6 140
CFR50J1M2 4-1623932-6 140
CFR50J1M5 4-1623932-7 140
CFR50J1M8 4-1623932-8 140
CFR50J1R0 5-1623932-0 140
CFR50J1R2 5-1623932-2 140
CFR50J1R5 5-1623932-3 140
CFR50J1R8 5-1623932-4 140
CFR50J200R 5-1623932-5 140
CFR50J20K 5-1623932-6 140
CFR50J220K 5-1623932-7 140
CFR50J220R 5-1623932-8 140
CFR50J220R/S 5-1623932-9 140
CFR50J22K 6-1623932-0 140
CFR50J22R 6-1623932-2 140
CFR50J240R 6-1623932-3 140
CFR50J24K 6-1623932-4 140
CFR50J24R 8-1623932-7 140
CFR50J270K 6-1623932-5 140
CFR50J270R 6-1623932-7 140
CFR50J27K 6-1623932-8 140
CFR50J27R 6-1623932-9 140
CFR50J2K0 7-1623932-1 140
CFR50J2K2 7-1623932-2 140
CFR50J2K4 7-1623932-3 140
CFR50J2K7 7-1623932-4 140
CFR50J2M2 7-1623932-5 140
CFR50J2M7 7-1623932-6 140
CFR50J2R2 7-1623932-8 140
CFR50J2R7 7-1623932-9 140
CFR50J300R 1623933-1 140
CFR50J30K 1623933-2 140
CFR50J330K 1623933-3 140
CFR50J330R 1623933-4 140
CFR50J33K 1623933-5 140
CFR50J33R 1623933-7 140
CFR50J360R 1623933-8 140
CFR50J36K 1623933-9 140
CFR50J390K 1-1623933-1 140
CFR50J390R 1-1623933-2 140
CFR50J39K 1-1623933-3 140
CFR50J39K/S 1-1623933-4 140
CFR50J39R 1-1623933-5 140
CFR50J3K0 1-1623933-6 140
CFR50J3K3 1-1623933-7 140
CFR50J3K6 1-1623933-8 140
CFR50J3K9 1-1623933-9 140
CFR50J3K9/S 2-1623933-0 140
CFR50J3M3 2-1623933-1 140
CFR50J3M9 2-1623933-3 140
CFR50J3R3 2-1623933-5 140
CFR50J3R9 2-1623933-7 140
CFR50J430R 8-1623933-4 140
CFR50J43K 2-1623933-8 140
CFR50J470K 2-1623933-9 140
CFR50J470R 3-1623933-0 140
CFR50J47K 3-1623933-1 140
CFR50J47R 3-1623933-2 140
CFR50J4K3 3-1623933-3 140
CFR50J4K7 3-1623933-4 140
CFR50J4M7 3-1623933-5 140
CFR50J4R7 3-1623933-6 140
CFR50J510R 3-1623933-7 140
CFR50J51K 3-1623933-8 140
CFR50J51R 3-1623933-9 140
CFR50J560K 4-1623933-0 140
CFR50J560K/S 8-1623933-8 140
CFR50J560R 4-1623933-2 140
CFR50J560R/S 8-1623933-7 140

CFR50J56K 4-1623933-3 140
CFR50J56K/S 4-1623933-4 140
CFR50J56R 4-1623933-5 140
CFR50J56R/S 4-1623933-6 140
CFR50J5K1 8-1623933-5 140
CFR50J5K6 4-1623933-7 140
CFR50J5M6 4-1623933-8 140
CFR50J5R1 4-1623933-9 140
CFR50J5R6 5-1623933-0 140
CFR50J5R6/S 8-1623933-6 140
CFR50J620R 8-1623933-1 140
CFR50J62K 5-1623933-1 140
CFR50J680K 5-1623933-2 140
CFR50J680R 5-1623933-3 140
CFR50J680R/S 8-1623933-2 140
CFR50J68K 5-1623933-4 140
CFR50J68R 5-1623933-5 140
CFR50J6K2 5-1623933-6 140
CFR50J6K8 5-1623933-7 140
CFR50J6M8 5-1623933-8 140
CFR50J6R8 6-1623933-0 140
CFR50J750K 8-1623933-9 140
CFR50J750R 6-1623933-1 140
CFR50J75K 6-1623933-2 140
CFR50J75R 6-1623933-4 140
CFR50J7K5 8-1623933-3 140
CFR50J820K 6-1623933-5 140
CFR50J820R 6-1623933-7 140
CFR50J82K 6-1623933-8 140
CFR50J82R 6-1623933-9 140
CFR50J8K2 7-1623933-3 140
CFR50J8K2/S 7-1623933-2 140
CFR50J8M2 7-1623933-4 140
CFR50J8R2 7-1623933-6 140
CFR50J910R 7-1623933-8 140
CFR50J91K 7-1623933-9 140
CFR50J9K1 8-1623933-0 140
CJB100010RJ 1676835-4 98
CJB1000130RJ 1676835-5 98
CJB10001RJ 1676835-1 98
CJB10002RJ 1676835-2 98
CJB10005RJ 1676835-3 98
CJB2501RJ 1676832-1 98
CJB25050RJ 1676832-2 98
CJB50010RJ 1676833-2 98
CJB5001RJ 1676833-1 98
CJB50075RJ 1676833-3 98
CJB750100RJ 1676834-4 98
CJB7501RJ 1676834-1 98
CJB7502RJ 1676834-2 98
CJB7506RJ 1676834-3 98
CJS100020RJ 1630301-1 94
CJS27550RJ 1676493-1 94
CJS2757K5J 1676493-2 94
CJS300330RJ 1676040-1 94
CJS55010RK 1676494-2 94
CJS55050RJ 1676494-1 94
CJS60050RJ 1676495-1 94
CJS6007K2J 1676495-2 94
CJS6007K8J 1676495-3 94
CJS70010RJ 1630302-1 94
CJS70020RJ 1630302-2 94
CJS7004R0J 1630302-3 94
CM10LH101M 1630482-1 204
CM10LH102M 1630482-2 204
CM10LH103M 1630482-3 204
CM10LH104M 1630482-4 204
CM10LH105M 1630482-5 204
CM10LH106N 1630482-6 204
CM10LH221M 1630482-7 204
CM10LH222M 1630482-8 204
CM10LH223M 1630482-9 204
CM10LH224M 1-1630482-0 204
CM10LH225N 1-1630482-1 204
CM10LH471M 1-1630482-2 204
CM10LH472M 1-1630482-3 204
CM10LH473M 1-1630482-4 204
CM10LH474M 1-1630482-5 204
CM10LH475N 1-1630482-6 204
CM10LV101M 1630483-1 204
CM10LV102M 1630483-2 204
CM10LV103M 1630483-3 204
CM10LV104M 1630483-4 204
CM10LV105M 1630483-5 204
CM10LV106N 1630483-6 204
CM10LV221M 1630483-7 204
CM10LV222M 1630483-8 204
CM10LV223M 1630483-9 204
CM10LV224M 1-1630483-0 204
CM10LV225N 1-1630483-1 204
CM10LV471M 1-1630483-2 204
CM10LV472M 1-1630483-3 204

CM10LV473M 1-1630483-4 204
CM10LV474M 1-1630483-5 204
CM10LV475N 1-1630483-6 204
CM10MH203M 1-1630482-7 204
CM10MV103M 1-1630483-8 204
CM10MV203M 1-1630483-7 204
CP16DH10IP06103 1676003-1 224
CP16DH10IP06104 1676003-2 224
CP16DH10IP06472 1676003-3 224
CP16DH10IP06473 1676003-4 224
CP16DH10IP06474 1676003-5 224
CP16DH10IP6103B 1676003-6 224
CP16DH10IP6104B 1676003-7 224
CP16DH10IP6472B 1676003-8 224
CP16DH10IP6473B 1676003-9 224
CP16DH10IP6474B 1-1676003-0 224
CP16SH101P6103BI 2-1676003-2 224
CP16SH10IP06101 1-1676003-1 224
CP16SH10IP06102 1-1676003-2 224
CP16SH10IP06103 1-1676003-3 224
CP16SH10IP06104 1-1676003-4 224
CP16SH10IP06105 1-1676003-5 224
CP16SH10IP06223 1-1676003-6 224
CP16SH10IP06224 1-1676003-7 224
CP16SH10IP06472 1-1676003-8 224
CP16SH10IP06473 1-1676003-9 224
CP16SH10IP06474 2-1676003-0 224
CP16SH10IP6103B 2-1676003-1 224
CP16SH10IP6103I 2-1676003-3 224
CP16SH10IP6104B 2-1676003-4 224
CP16SH10IP6104BI 2-1676003-5 224
CP16SH10IP6104I 2-1676003-6 224
CP16SH10IP6472B 2-1676003-7 224
CP16SH10IP6472BI 2-1676003-8 224
CP16SH10IP6472I 2-1676003-9 224
CP16SH10IP6473B 3-1676003-0 224
CP16SH10IP6473BI 3-1676003-1 224
CP16SH10IP6473I 3-1676003-2 224
CP16SH10IP6474B 3-1676003-3 224
CP16SH10IP6474BI 3-1676003-4 224
CP16SH10IP6474I 3-1676003-5 224
CPF0402B12KE 1879061-2 10
CPF0402B3K0E 1879061-1 10
CPF0603B100RE1 1614881-3 10
CPF0603B10KE 1614881-1 10
CPF0603B10KE1 1614881-2 10
CPF0603B154KE 1614881-7 10
CPF0603B1K0E 1614882-2 10
CPF0603B1K0E1 1614882-3 10
CPF0603B1K91E1 1-1614882-0 10
CPF0603B21K5E 1614881-4 10
CPF0603B22KE 1614881-5 10
CPF0603B42K2E 1614881-6 10
CPF0603B4K7EE 2-1614882-0 10
CPF0603B75KE 1-1614881-9 10
CPF0603B8K25E 2-1614881-0 10
CPF0603D10RC 1-1614882-2 10
CPF0603D1K0E 1614882-1 10
CPF0603D470RE 1-1614882-3 10
CPF0603D49R9C 1-1614882-5 10
CPF0805B100KE 1614883-1 10
CPF0805B100KE1 1614883-2 10
CPF0805B100RE 1614885-2 10
CPF0805B10K2E 1614886-2 10
CPF0805B10KE 1614886-1 10
CPF0805B110RC 1614888-2 10
CPF0805B110RE 1614888-3 10
CPF0805B11K8E1 1614889-1 10
CPF0805B11KE 1614890-1 10
CPF0805B120KE 1-1614890-0 10
CPF0805B12KE1 1614892-1 10
CPF0805B150KE 1614896-2 10
CPF0805B150KE1 1614896-1 10
CPF0805B150RE 1614896-3 10
CPF0805B158KE1 1614898-1 10
CPF0805B15KE 1614898-2 10
CPF0805B196KE 1-1614901-0 10
CPF0805B1K0E 1614902-2 10
CPF0805B1K6E 1614903-5 10
CPF0805B1K8E 1614903-6 10
CPF0805B1M0E 1614883-3 10
CPF0805B205KE 1-1614905-0 10
CPF0805B20K5E 1614906-1 10
CPF0805B20KE 1614906-2 10
CPF0805B215KE1 1-1614907-0 10
CPF0805B220RE 1614908-1 10
CPF0805B22K1E 1-1614908-0 10
CPF0805B22K1E1 1-1614910-0 10
CPF0805B22KE 1614909-1 10
CPF0805B23K2E 1-1614910-5 10
CPF0805B24KE1 1614911-1 10
CPF0805B270RE 1614911-5 10

CPF0805B27KE 1-1614911-0 10
CPF0805B2K05E 1614913-1 10
CPF0805B2K0E 1614914-1 10
CPF0805B2K0E1 1614914-2 10
CPF0805B2K2E 1614917-1 10
CPF0805B2K43C 1614918-2 10
CPF0805B2K43E1 1614918-3 10
CPF0805B2K49E1 1-1614917-0 10
CPF0805B332KE 1614920-1 10
CPF0805B34K8E1 1614922-1 10
CPF0805B35K7E 1614883-4 10
CPF0805B35K7E1 1614883-7 10
CPF0805B36KE1 1614923-1 10
CPF0805B390RE 1614924-1 10
CPF0805B39KE1 1614925-1 10
CPF0805B3K01E 1614928-1 10
CPF0805B3K32E 4-1614928-0 10
CPF0805B3K32E1 4-1614928-1 10
CPF0805B3K3E1 1614929-1 10
CPF0805B3K57E1 1-1614930-0 10
CPF0805B3K9E 1614931-1 10
CPF0805B41K2E 1614931-5 10
CPF0805B42K2E1 1-1614931-0 10
CPF0805B430RE1 1614932-1 10
CPF0805B453KE 1614934-1 10
CPF0805B47KE 1614935-1 10
CPF0805B499KE1 1614937-1 10
CPF0805B49K9E 1614883-5 10
CPF0805B4K53E 1-1614937-0 10
CPF0805B4K7E 1-1614937-5 10
CPF0805B4K99E 1614938-1 10
CPF0805B59KE 1614938-2 10
CPF0805B5K11E 1614941-1 10
CPF0805B66K5E 1614944-2 10
CPF0805B6K65E 1614947-1 10
CPF0805B6K81E 1614947-5 10
CPF0805B6K81E1 1614947-6 10
CPF0805B6K8E 1-1614947-0 10
CPF0805B71K5E 1614948-1 10
CPF0805B75KE 1614883-6 10
CPF0805B75KE1 1-1614948-0 10
CPF0805B76K8E 1-1614949-0 10
CPF0805B7K87E 1-1614949-1 10
CPF0805B82K5E 1614951-1 10
CPF0805B82K5E1 1614951-2 10
CPF0805B82KE 1614953-1 10
CPF0805B8K06E1 1-1614953-0 10
CPF0805B909RE 1614955-1 10
CPF0805B9K53E1 1614959-1 10
CPF0805D100KC 1614959-3 10
CPF0805D162KE 1614959-2 10
CPF0805D180KC 1614960-5 10
CPF0805D20KE 1614960-1 10
CPF0805D2K49C 1614961-1 10
CPF0805D2K55C 1614962-1 10
CPF0805D30KC 1614962-2 10
CPF0805D39KC 1614962-3 10
CPF1206B100KE 1614964-1 10
CPF1206B100KE1 1614964-2 10
CPF1206B100RE1 1614964-3 10
CPF1206B102KE 1614965-1 10
CPF1206B10K7E1 1-1614722-0 10
CPF1206B10KE 1614722-5 10
CPF1206B10RE 1614722-6 10
CPF1206B12K7E 1614966-1 10
CPF1206B12K7E1 1614966-2 10
CPF1206B13K7E1 1-1614966-0 10
CPF1206B14K7E 2-1614966-0 10
CPF1206B15KE 3-1614966-0 10
CPF1206B187KE1 5-1614966-0 10
CPF1206B1K0E1 1614967-1 10
CPF1206B1M0E 1-1614967-0 10
CPF1206B20KE 1614968-3 10
CPF1206B21K5E 1614968-2 10
CPF1206B24KE 1614968-4 10
CPF1206B25K5E 1614968-1 10
CPF1206B2K49E1 5-1614968-0 10
CPF1206B301KE1 1614969-1 10
CPF1206B30RE 1-1614969-0 10
CPF1206B36K1E 1614969-2 10
CPF1206B3K0E1 1614970-2 10
CPF1206B3K3C1 1614970-1 10
CPF1206B3K48E1 1-1614970-0 10
CPF1206B40KE 1614971-3 10
CPF1206B47KE 1614971-2 10
CPF1206B47KE1 1614971-1 10
CPF1206B51K1E1 1-1614971-0 10
CPF1206B5K6E 2-1614971-0 10
CPF1206B61K9E 5-1614971-0 10
CPF1206B68K1E 1614972-1 10
CPF1206B68K1E1 1614972-2 10
CPF1206B6K8E 1-1614972-0 10

* Please contact your Sales Representative for parts not listed
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CPF1206B6K8E1 1-1614972-1 10
CPF1206B71K5E 5-1614972-0 10
CPF1206B71K5E1 5-1614972-1 10
CPF1206B75KE1 6-1614972-0 10
CPF1206B8K25E1 1614973-1 10
CPF1206B97K6E 1614973-5 10
CPF1206B9K09E 1614973-6 10
CPF1206B9K53C 1614973-3 10
CPF1206D120KC 1614973-7 10
CPG0402D1K96C 1623702-1 12
CPG0603D10KC 1-1623703-5 12
CPG0603D12KC 2-1623703-3 12
CPG0603D1K0C 1623703-1 12
CPG0603D1K21C 1623703-2 12
CPG0603D1K33C 1-1623703-6 12
CPG0603D1K3C 1-1623703-7 12
CPG0603D1K54C 1-1623703-0 12
CPG0603D1K62C 1-1623703-1 12
CPG0603D3K4C 1623703-3 12
CPG0603D442RC 1-1623703-2 12
CPG0603D6K81C 1-1623703-3 12
CPG0603D845RC 1-1623703-4 12
CPG0603F100RC 1-1623703-9 12
CPG0603F10KC 2-1623703-0 12
CPG0603F162RC 1623703-4 12
CPG0603F1M0C 1623703-5 12
CPG0603F20RD 2-1623703-1 12
CPG0603F274RC 1623703-6 12
CPG0603F332KC 1623703-7 12
CPG0603F392KC 1623703-8 12
CPG0603F4K7C 1-1623703-8 12
CPG0603F562RC 2-1623703-2 12
CPG0603F750KC 1623703-9 12
CPG0603F910KC 2-1623703-4 12
CPG0805D121RC 1623704-1 12
CPG0805D133KC 1-1623704-5 12
CPG0805D13RC 1-1623704-2 12
CPG0805D18R2C 1623704-9 12
CPG0805D1K21C 1623704-2 12
CPG0805D1K58C 1-1623704-6 12
CPG0805D1K5C 1623704-3 12
CPG0805D249KC 1-1623704-4 12
CPG0805D2K55C 1623704-4 12
CPG0805D357KC 1-1623704-8 12
CPG0805D360KC 1623704-5 12
CPG0805D36RC 1-1623704-0 12
CPG0805D49R9C 1623704-8 12
CPG0805D549RC 1623704-6 12
CPG0805D5K23C 1-1623704-1 12
CPG0805D95R3C 1-1623704-3 12
CPG0805D976RC 1623704-7 12
CPG0805F1K0C 1-1623704-7 12
CPG1206D180KC 1-1623705-8 12
CPG1206D3K48C 1623705-1 12
CPG1206F100KC 1623705-2 12
CPG1206F10KC 1-1623705-2 12
CPG1206F11KC 1623705-3 12
CPG1206F121RC 2-1623705-0 12
CPG1206F15K4C 1623705-4 12
CPG1206F162KC 1623705-5 12
CPG1206F1K0C 1623705-6 12
CPG1206F2K74C 1-1623705-6 12
CPG1206F39R2C 1-1623705-9 12
CPG1206F3K16C 1-1623705-3 12
CPG1206F3K4C 1-1623705-4 12
CPG1206F3K65C 1623705-7 12
CPG1206F4K87C 1623705-8 12
CPG1206F51R1C 2-1623705-1 12
CPG1206F5K11C 1623705-9 12
CPG1206F68K1C 1-1623705-0 12
CPG1206F68R1C 1-1623705-1 12
CPG1206F750KC 1-1623705-5 12
CPG1206F9K31C 1-1623705-7 12
CR1B33KCC 1622794-1 21
CR1B4K99CC 1622794-3 21
CR1B75RCC 1622794-4 21
CR1D20KCC 1622794-6 21
CR1D249RCC 1622794-7 21
CR1D27K4CC 1622794-8 21
CR1D4K99CC 1622794-5 21
CRG0402F100K 1676480-1 130
CRG0402F100R 1676480-2 130
CRG0402F10K 1676480-3 130
CRG0402F110K 1676480-4 130
CRG0402F110R 1676480-5 130
CRG0402F11K 1676480-6 130
CRG0402F120K 1676480-7 130
CRG0402F120R 1676480-8 130
CRG0402F12K 1676480-9 130
CRG0402F130K 1-1676480-0 130
CRG0402F130R 1-1676480-1 130
CRG0402F13K 1-1676480-2 130

CRG0402F150K 1-1676480-3 130
CRG0402F150R 1-1676480-4 130
CRG0402F15K 1-1676480-5 130
CRG0402F160K 1-1676480-6 130
CRG0402F160R 1-1676480-7 130
CRG0402F16K 1-1676480-8 130
CRG0402F180K 1-1676480-9 130
CRG0402F180R 2-1676480-0 130
CRG0402F18K 2-1676480-1 130
CRG0402F1K0 2-1676480-2 130
CRG0402F1K1 2-1676480-3 130
CRG0402F1K2 2-1676480-4 130
CRG0402F1K3 2-1676480-5 130
CRG0402F1K5 2-1676480-6 130
CRG0402F1K6 2-1676480-7 130
CRG0402F1K8 2-1676480-8 130
CRG0402F1M0 2-1676480-9 130
CRG0402F200K 3-1676480-0 130
CRG0402F200R 3-1676480-1 130
CRG0402F20K 3-1676480-2 130
CRG0402F220K 3-1676480-3 130
CRG0402F220R 3-1676480-4 130
CRG0402F22K 3-1676480-5 130
CRG0402F240K 3-1676480-6 130
CRG0402F240R 3-1676480-7 130
CRG0402F24K 3-1676480-8 130
CRG0402F270K 3-1676480-9 130
CRG0402F270R 4-1676480-0 130
CRG0402F27K 4-1676480-1 130
CRG0402F2K0 4-1676480-2 130
CRG0402F2K2 4-1676480-3 130
CRG0402F2K4 4-1676480-4 130
CRG0402F2K7 4-1676480-5 130
CRG0402F300K 4-1676480-6 130
CRG0402F300R 4-1676480-7 130
CRG0402F30K 4-1676480-8 130
CRG0402F330K 4-1676480-9 130
CRG0402F330R 5-1676480-0 130
CRG0402F33K 5-1676480-1 130
CRG0402F360K 5-1676480-2 130
CRG0402F360R 5-1676480-3 130
CRG0402F36K 5-1676480-4 130
CRG0402F390K 5-1676480-5 130
CRG0402F390R 5-1676480-6 130
CRG0402F39K 5-1676480-7 130
CRG0402F3K0 5-1676480-8 130
CRG0402F3K3 5-1676480-9 130
CRG0402F3K6 6-1676480-0 130
CRG0402F3K9 6-1676480-1 130
CRG0402F430K 6-1676480-2 130
CRG0402F430R 6-1676480-3 130
CRG0402F43K 6-1676480-4 130
CRG0402F470K 6-1676480-5 130
CRG0402F470R 6-1676480-6 130
CRG0402F47K 6-1676480-7 130
CRG0402F4K3 6-1676480-8 130
CRG0402F4K7 6-1676480-9 130
CRG0402F510K 7-1676480-0 130
CRG0402F510R 7-1676480-1 130
CRG0402F51K 7-1676480-2 130
CRG0402F560K 7-1676480-3 130
CRG0402F560R 7-1676480-4 130
CRG0402F56K 7-1676480-5 130
CRG0402F5K1 7-1676480-6 130
CRG0402F5K6 7-1676480-7 130
CRG0402F620K 7-1676480-8 130
CRG0402F620R 7-1676480-9 130
CRG0402F62K 8-1676480-0 130
CRG0402F680K 8-1676480-1 130
CRG0402F680R 8-1676480-2 130
CRG0402F68K 8-1676480-3 130
CRG0402F6K2 8-1676480-4 130
CRG0402F6K8 8-1676480-5 130
CRG0402F750K 8-1676480-6 130
CRG0402F750R 8-1676480-7 130
CRG0402F75K 8-1676480-8 130
CRG0402F7K5 8-1676480-9 130
CRG0402F820K 9-1676480-0 130
CRG0402F820R 9-1676480-1 130
CRG0402F82K 9-1676480-2 130
CRG0402F8K2 9-1676480-3 130
CRG0402F910K 9-1676480-4 130
CRG0402F910R 9-1676480-5 130
CRG0402F91K 9-1676480-6 130
CRG0402F9K1 9-1676480-7 130
CRG0402J100K 1622826-2 130
CRG0402J100R 1622826-3 130
CRG0402J10K 1622826-4 130
CRG0402J10R 1622826-5 130
CRG0402J120K 1622826-6 130
CRG0402J120R 1622826-7 130
CRG0402J12K 1622826-8 130

CRG0402J12R 1622826-9 130
CRG0402J150K 1-1622826-0 130
CRG0402J150R 1-1622826-1 130
CRG0402J15K 1-1622826-2 130
CRG0402J15R 1-1622826-3 130
CRG0402J180K 1-1622826-4 130
CRG0402J180R 1-1622826-5 130
CRG0402J18K 1-1622826-6 130
CRG0402J18R 1-1622826-7 130
CRG0402J1K0 1-1622826-8 130
CRG0402J1K2 1-1622826-9 130
CRG0402J1K5 2-1622826-0 130
CRG0402J1K8 2-1622826-1 130
CRG0402J1M0 2-1622826-2 130
CRG0402J1R0 6-1622826-5 130
CRG0402J1R2 6-1622826-6 130
CRG0402J1R5 6-1622826-7 130
CRG0402J1R8 6-1622826-8 130
CRG0402J220K 2-1622826-3 130
CRG0402J220R 2-1622826-4 130
CRG0402J22K 2-1622826-5 130
CRG0402J22R 2-1622826-6 130
CRG0402J270K 2-1622826-7 130
CRG0402J270R 2-1622826-8 130
CRG0402J27K 2-1622826-9 130
CRG0402J27R 3-1622826-0 130
CRG0402J2K2 3-1622826-1 130
CRG0402J2K7 3-1622826-2 130
CRG0402J2R2 6-1622826-9 130
CRG0402J2R7 7-1622826-0 130
CRG0402J330K 3-1622826-3 130
CRG0402J330R 3-1622826-4 130
CRG0402J33K 3-1622826-5 130
CRG0402J33R 3-1622826-6 130
CRG0402J390K 3-1622826-7 130
CRG0402J390R 3-1622826-8 130
CRG0402J39K 3-1622826-9 130
CRG0402J39R 4-1622826-0 130
CRG0402J3K3 4-1622826-1 130
CRG0402J3K9 4-1622826-2 130
CRG0402J3R3 7-1622826-1 130
CRG0402J3R9 7-1622826-2 130
CRG0402J470K 4-1622826-3 130
CRG0402J470R 4-1622826-4 130
CRG0402J47K 4-1622826-5 130
CRG0402J47R 4-1622826-6 130
CRG0402J4K7 4-1622826-7 130
CRG0402J4R7 7-1622826-3 130
CRG0402J560K 4-1622826-8 130
CRG0402J560R 4-1622826-9 130
CRG0402J56K 5-1622826-0 130
CRG0402J56R 5-1622826-1 130
CRG0402J5K6 5-1622826-2 130
CRG0402J5R6 7-1622826-4 130
CRG0402J680K 5-1622826-3 130
CRG0402J680R 5-1622826-4 130
CRG0402J68K 5-1622826-5 130
CRG0402J68R 5-1622826-6 130
CRG0402J6K8 5-1622826-7 130
CRG0402J6R8 7-1622826-5 130
CRG0402J75R 5-1622826-8 130
CRG0402J820K 5-1622826-9 130
CRG0402J820R 6-1622826-0 130
CRG0402J82K 6-1622826-1 130
CRG0402J82R 6-1622826-2 130
CRG0402J8K2 6-1622826-3 130
CRG0402J8R2 7-1622826-6 130
CRG0402ZR 6-1622826-4 130
CRG0603F100K 1622827-1 130
CRG0603F100K/10 1622827-2 130
CRG0603F100R 1622828-1 130
CRG0603F100R/10 1622828-2 130
CRG0603F102K 1-1622828-0 130
CRG0603F105K 2-1622828-0 130
CRG0603F105R 3-1622828-0 130
CRG0603F10K 1622829-1 130
CRG0603F10K/10 1622829-2 130
CRG0603F10K2 1622830-1 130
CRG0603F10K5 1-1622830-0 130
CRG0603F10K7 2-1622830-0 130
CRG0603F10M 3-1622830-0 130
CRG0603F10R 1622831-1 130
CRG0603F10R5 1-1622831-0 130
CRG0603F110K 1622832-1 130
CRG0603F110R 1622833-1 130
CRG0603F113K 1-1622833-0 130
CRG0603F115K 2-1622833-0 130
CRG0603F115R 3-1622833-0 130
CRG0603F118K 4-1622833-0 130
CRG0603F11K 1622834-1 130
CRG0603F11K3 1-1622834-0 130
CRG0603F11K5 2-1622834-0 130

CRG0603F11R 1622835-1 130
CRG0603F11R5 1-1622835-0 130
CRG0603F120K 1622836-1 130
CRG0603F120K/10 1622836-2 130
CRG0603F120R 1622837-1 130
CRG0603F121K 1-1622837-0 130
CRG0603F121R 2-1622837-0 130
CRG0603F124R 3-1622837-0 130
CRG0603F127K 4-1622837-0 130
CRG0603F127R 5-1622837-0 130
CRG0603F12K 1622838-1 130
CRG0603F12K1 1622839-1 130
CRG0603F12K4 1622840-1 130
CRG0603F12K7 1622841-1 130
CRG0603F12R 1622842-1 130
CRG0603F12R1 1-1622842-0 130
CRG0603F12R7 2-1622842-0 130
CRG0603F130K 1622843-1 130
CRG0603F130R 1622844-1 130
CRG0603F133K 1-1622844-0 130
CRG0603F133R 2-1622844-0 130
CRG0603F137K 3-1622844-0 130
CRG0603F137R 4-1622844-0 130
CRG0603F13K 1622845-1 130
CRG0603F13K3 1-1622845-0 130
CRG0603F13R 1622846-1 130
CRG0603F13R3 1622846-5 130
CRG0603F140K 1-1622846-0 130
CRG0603F140R 1622847-1 130
CRG0603F143K 1-1622847-0 130
CRG0603F143R 2-1622847-0 130
CRG0603F147K 1622848-1 130
CRG0603F147R 1-1622848-0 130
CRG0603F14K 1622849-1 130
CRG0603F14K3 1622850-1 130
CRG0603F14K7 1-1622850-0 130
CRG0603F14R 2-1622850-0 130
CRG0603F14R7 3-1622850-0 130
CRG0603F150K 1622851-1 130
CRG0603F150R 1622852-1 130
CRG0603F154K 1-1622852-0 130
CRG0603F154R 2-1622852-0 130
CRG0603F158K 3-1622852-0 130
CRG0603F158R 4-1622852-0 130
CRG0603F15K 1622853-1 130
CRG0603F15K/10 1622853-2 130
CRG0603F15K4 1-1622853-0 130
CRG0603F15K8 2-1622853-0 130
CRG0603F15R 1622854-1 130
CRG0603F15R4 1-1622854-0 130
CRG0603F15R8 2-1622854-0 130
CRG0603F160K 1622855-1 130
CRG0603F160R 1622856-1 130
CRG0603F162K 1-1622856-0 130
CRG0603F162R 2-1622856-0 130
CRG0603F165K 3-1622856-0 130
CRG0603F165R 4-1622856-0 130
CRG0603F169K 5-1622856-0 130
CRG0603F169R 6-1622856-0 130
CRG0603F16K 1622857-1 130
CRG0603F16K2 1-1622857-0 130
CRG0603F16K5 2-1622857-0 130
CRG0603F16K9 3-1622857-0 130
CRG0603F16R 1622858-1 130
CRG0603F16R2 1-1622858-0 130
CRG0603F16R5 1-1622858-5 130
CRG0603F16R9 2-1622858-0 130
CRG0603F174K 1-1622859-5 130
CRG0603F178K 2-1622859-0 130
CRG0603F178R 1622859-1 130
CRG0603F17K4 3-1622859-0 130
CRG0603F17K8 1-1622859-0 130
CRG0603F17R6 4-1622859-0 130
CRG0603F17R8 5-1622859-0 130
CRG0603F180K 1622860-1 130
CRG0603F180K/10 1622860-2 130
CRG0603F180R 1622861-1 130
CRG0603F182K 1-1622861-0 130
CRG0603F182R 2-1622861-0 130
CRG0603F187R 3-1622861-0 130
CRG0603F18K 1622862-1 130
CRG0603F18K2 1622863-1 130
CRG0603F18K7 1622864-1 130
CRG0603F18R 1622865-1 130
CRG0603F18R2 1622865-5 130
CRG0603F18R7 1-1622865-0 130
CRG0603F191K 1-1622865-5 130
CRG0603F196K 2-1622865-0 130
CRG0603F196R 2-1622865-5 130
CRG0603F19K1 3-1622865-0 130
CRG0603F19K6 3-1622865-5 130
CRG0603F19R6 4-1622865-0 130

* Please contact your Sales Representative for parts not listed
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CRG0603F1K0 1622866-1 130
CRG0603F1K0/10 1622866-2 130
CRG0603F1K05 1622867-1 130
CRG0603F1K1 1622868-1 130
CRG0603F1K13 1-1622868-0 130
CRG0603F1K15 2-1622868-0 130
CRG0603F1K18 3-1622868-0 130
CRG0603F1K2 1622869-1 130
CRG0603F1K2/10 1622869-2 130
CRG0603F1K21 1-1622869-0 130
CRG0603F1K27 2-1622869-0 130
CRG0603F1K3 1622870-1 130
CRG0603F1K33 1-1622870-0 130
CRG0603F1K37 2-1622870-0 130
CRG0603F1K4 1622871-1 130
CRG0603F1K43 1-1622871-0 130
CRG0603F1K47 2-1622871-0 130
CRG0603F1K5 1622872-1 130
CRG0603F1K54 1-1622872-0 130
CRG0603F1K58 2-1622872-0 130
CRG0603F1K6 1622873-1 130
CRG0603F1K62 1622874-1 130
CRG0603F1K65 1-1622874-0 130
CRG0603F1K69 2-1622874-0 130
CRG0603F1K74 3-1622874-0 130
CRG0603F1K78 1622875-1 130
CRG0603F1K8 1622876-1 130
CRG0603F1K82 1-1622876-0 130
CRG0603F1K87 2-1622876-0 130
CRG0603F1K91 3-1622876-0 130
CRG0603F1K96 4-1622876-0 130
CRG0603F1M0 1622877-1 130
CRG0603F1M0/10 1622877-2 130
CRG0603F1M2 1622877-3 130
CRG0603F1M5 1622878-1 130
CRG0603F1M8 1622878-2 130
CRG0603F1R0 1622878-4 130
CRG0603F1R2 1622878-5 130
CRG0603F1R5 1622878-6 130
CRG0603F1R8 1622878-3 130
CRG0603F200K 1622879-1 130
CRG0603F200R 1622880-1 130
CRG0603F205K 1-1622880-0 130
CRG0603F20K 1622881-1 130
CRG0603F20K/10 1622881-2 130
CRG0603F20K5 1-1622881-0 130
CRG0603F20R 1622882-1 130
CRG0603F20R5 1-1622882-0 130
CRG0603F210R 2-1622882-0 130
CRG0603F215K 3-1622882-0 130
CRG0603F215R 4-1622882-0 130
CRG0603F21K5 5-1622882-0 130
CRG0603F21R5 6-1622882-0 130
CRG0603F220K 1622883-1 130
CRG0603F220R 1622884-1 130
CRG0603F220R/10 1622884-2 130
CRG0603F221K 1622885-1 130
CRG0603F221R 1-1622885-0 130
CRG0603F226K 2-1622885-0 130
CRG0603F226R 3-1622885-0 130
CRG0603F22K 1622886-1 130
CRG0603F22K/10 1622886-2 130
CRG0603F22K1 1622887-1 130
CRG0603F22K6 1-1622887-0 130
CRG0603F22R 1622888-1 130
CRG0603F22R1 1622889-1 130
CRG0603F22R6 1-1622889-0 130
CRG0603F232R 2-1622889-0 130
CRG0603F237K 4-1622889-0 130
CRG0603F237R 3-1622889-0 130
CRG0603F23K2 5-1622889-0 130
CRG0603F23K7 1622890-1 130
CRG0603F23R7 1-1622890-0 130
CRG0603F240K 1622891-1 130
CRG0603F240R 1622892-1 130
CRG0603F243K 1-1622892-0 130
CRG0603F243R 2-1622892-0 130
CRG0603F249K 3-1622892-0 130
CRG0603F249R 4-1622892-0 130
CRG0603F24K 1622893-1 130
CRG0603F24K3 1622894-1 130
CRG0603F24K9 1-1622894-0 130
CRG0603F24R 1622895-1 130
CRG0603F24R3 1622895-5 130
CRG0603F24R9 1-1622895-0 130
CRG0603F255R 1-1622895-5 130
CRG0603F25K5 2-1622895-0 130
CRG0603F25R5 2-1622895-5 130
CRG0603F261K 3-1622895-0 130
CRG0603F261R 3-1622895-5 130
CRG0603F267K 4-1622895-0 130
CRG0603F267R 4-1622895-5 130

CRG0603F26K1 5-1622895-0 130
CRG0603F26K7 5-1622895-5 130
CRG0603F26R1 6-1622895-0 130
CRG0603F270K 1622896-1 130
CRG0603F270R 1622897-1 130
CRG0603F270R/10 1622897-2 130
CRG0603F274K 1-1622897-0 130
CRG0603F274R 2-1622897-0 130
CRG0603F27K 1622898-1 130
CRG0603F27K/10 1622898-2 130
CRG0603F27K4 1622899-1 130
CRG0603F27R 1622900-1 130
CRG0603F27R4 1622900-5 130
CRG0603F287K 1-1622900-0 130
CRG0603F287R 1-1622900-5 130
CRG0603F28K 2-1622900-0 130
CRG0603F28K7 2-1622900-5 130
CRG0603F28R7 3-1622900-0 130
CRG0603F294K 3-1622900-5 130
CRG0603F29K4 4-1622900-0 130
CRG0603F2K0 1622901-1 130
CRG0603F2K05 1-1622901-0 130
CRG0603F2K1 2-1622901-0 130
CRG0603F2K15 3-1622901-0 130
CRG0603F2K2 1622902-1 130
CRG0603F2K2/10 1622902-2 130
CRG0603F2K21 1622903-1 130
CRG0603F2K26 1-1622903-0 130
CRG0603F2K32 2-1622903-0 130
CRG0603F2K37 1622904-1 130
CRG0603F2K4 1622905-1 130
CRG0603F2K43 1622906-1 130
CRG0603F2K49 1-1622906-0 130
CRG0603F2K55 2-1622906-0 130
CRG0603F2K61 3-1622906-0 130
CRG0603F2K67 4-1622906-0 130
CRG0603F2K7 1622907-1 130
CRG0603F2K74 1622908-1 130
CRG0603F2K8 1-1622908-0 130
CRG0603F2K87 2-1622908-0 130
CRG0603F2K94 1622909-1 130
CRG0603F2M2 1622910-1 130
CRG0603F2M7 1622910-2 130
CRG0603F2R2 1622910-3 130
CRG0603F2R7 1622910-4 130
CRG0603F300K 1622911-1 130
CRG0603F300R 1622912-1 130
CRG0603F301K 1-1622912-0 130
CRG0603F301R 2-1622912-0 130
CRG0603F309R 3-1622912-0 130
CRG0603F30K 1622913-1 130
CRG0603F30K1 1622914-1 130
CRG0603F30K9 1622915-1 130
CRG0603F30R 1622916-1 130
CRG0603F30R1 1622916-5 130
CRG0603F316K 1-1622916-0 130
CRG0603F316R 1-1622916-5 130
CRG0603F319K 2-1622916-0 130
CRG0603F31K6 2-1622916-5 130
CRG0603F31R6 3-1622916-0 130
CRG0603F324K 3-1622916-5 130
CRG0603F324R 4-1622916-0 130
CRG0603F330K 1622917-1 130
CRG0603F330K/10 1622917-2 130
CRG0603F330R 1622918-1 130
CRG0603F332K 1-1622918-0 130
CRG0603F332R 1622919-1 130
CRG0603F33K 1622920-1 130
CRG0603F33K/10 1622920-2 130
CRG0603F33K2 1622921-1 130
CRG0603F33R 1622922-1 130
CRG0603F33R2 1622923-1 130
CRG0603F340R 1-1622923-0 130
CRG0603F348K 2-1622923-0 130
CRG0603F348R 3-1622923-0 130
CRG0603F34K 1622924-1 130
CRG0603F34K8 1-1622924-0 130
CRG0603F34R 2-1622924-0 130
CRG0603F34R8 3-1622924-0 130
CRG0603F357R 4-1622924-0 130
CRG0603F35K7 5-1622924-0 130
CRG0603F35R7 6-1622924-0 130
CRG0603F360K 1622925-1 130
CRG0603F360R 1622926-1 130
CRG0603F365K 1-1622926-0 130
CRG0603F365R 2-1622926-0 130
CRG0603F36K 1622927-1 130
CRG0603F36K5 1-1622927-0 130
CRG0603F36R 1622928-1 130
CRG0603F36R5 1-1622928-0 130
CRG0603F374K 2-1622928-0 130
CRG0603F374R 3-1622928-0 130

CRG0603F37K4 1622929-1 130
CRG0603F383K 1-1622929-0 130
CRG0603F383R 2-1622929-0 130
CRG0603F38K3 3-1622929-0 130
CRG0603F38R3 4-1622929-0 130
CRG0603F390K 1622930-1 130
CRG0603F390R 1622931-1 130
CRG0603F392K 1-1622931-0 130
CRG0603F392R 2-1622931-0 130
CRG0603F39K 1622932-1 130
CRG0603F39K2 1622933-1 130
CRG0603F39R 1622934-1 130
CRG0603F39R2 1-1622934-0 130
CRG0603F3K0 1622935-1 130
CRG0603F3K01 1-1622935-0 130
CRG0603F3K09 1622936-1 130
CRG0603F3K16 1-1622936-0 130
CRG0603F3K3 1622937-1 130
CRG0603F3K3/10 1622937-2 130
CRG0603F3K32 1622938-1 130
CRG0603F3K4 1622939-1 130
CRG0603F3K48 1-1622939-0 130
CRG0603F3K6 1622940-1 130
CRG0603F3K65 1-1622940-0 130
CRG0603F3K74 1-1622940-5 130
CRG0603F3K83 2-1622940-0 130
CRG0603F3K9 1622941-1 130
CRG0603F3K92 2-1622941-0 130
CRG0603F3M3 1-1622941-0 130
CRG0603F3M9 1-1622941-5 130
CRG0603F3R0 3-1622941-0 130
CRG0603F3R3 3-1622941-3 130
CRG0603F3R9 3-1622941-4 130
CRG0603F402K 1622942-1 130
CRG0603F402R 1622942-5 130
CRG0603F40K2 1-1622942-0 130
CRG0603F40R2 1-1622942-5 130
CRG0603F412K 1-1622942-9 130
CRG0603F412R 2-1622942-0 130
CRG0603F422K 2-1622942-5 130
CRG0603F422R 3-1622942-0 130
CRG0603F42K2 3-1622942-5 130
CRG0603F42R2 4-1622942-0 130
CRG0603F430K 1622943-1 130
CRG0603F430R 1622944-1 130
CRG0603F432K 1-1622944-0 130
CRG0603F432R 2-1622944-0 130
CRG0603F43K 1622945-1 130
CRG0603F43K2 1-1622945-0 130
CRG0603F43R 1622946-1 130
CRG0603F43R2 1622946-5 130
CRG0603F442K 1-1622946-0 130
CRG0603F442R 1-1622946-5 130
CRG0603F44K2 2-1622946-0 130
CRG0603F44R2 2-1622946-5 130
CRG0603F453K 3-1622946-0 130
CRG0603F453R 3-1622946-5 130
CRG0603F45K3 4-1622946-0 130
CRG0603F45R3 4-1622946-5 130
CRG0603F464K 5-1622946-0 130
CRG0603F464R 1622947-1 130
CRG0603F46K4 1-1622947-0 130
CRG0603F46R4 2-1622947-0 130
CRG0603F470K 1622948-1 130
CRG0603F470K/10 1622948-2 130
CRG0603F470R 1622949-1 130
CRG0603F475K 1622950-1 130
CRG0603F475R 1622951-1 130
CRG0603F47K 1622952-1 130
CRG0603F47K/10 1622952-2 130
CRG0603F47K5 1622953-1 130
CRG0603F47R 1622954-1 130
CRG0603F47R5 1-1622954-0 130
CRG0603F487R 2-1622954-0 130
CRG0603F48K7 3-1622954-0 130
CRG0603F48R7 4-1622954-0 130
CRG0603F499K 5-1622954-0 130
CRG0603F499R 1622955-1 130
CRG0603F49K9 1622956-1 130
CRG0603F49R9 1-1622956-0 130
CRG0603F4K02 1622957-1 130
CRG0603F4K22 1-1622957-0 130
CRG0603F4K3 1622958-1 130
CRG0603F4K32 1622958-2 130
CRG0603F4K42 1-1622958-0 130
CRG0603F4K53 2-1622958-0 130
CRG0603F4K64 1622959-1 130
CRG0603F4K7 1622960-1 130
CRG0603F4K7/10 1622960-2 130
CRG0603F4K75 1-1622960-0 130
CRG0603F4K87 2-1622960-0 130
CRG0603F4K99 1622961-1 130

CRG0603F4M7 1622961-3 130
CRG0603F4R7 1622961-2 130
CRG0603F510K 1622962-1 130
CRG0603F510R 1622963-1 130
CRG0603F511K 1-1622963-0 130
CRG0603F511R 2-1622963-0 130
CRG0603F51K 1622964-1 130
CRG0603F51K1 1622965-1 130
CRG0603F51R 1622966-1 130
CRG0603F51R1 1622967-1 130
CRG0603F536K 1622967-5 130
CRG0603F536R 1-1622967-0 130
CRG0603F53K6 1-1622967-5 130
CRG0603F53R6 2-1622967-0 130
CRG0603F549R 2-1622967-5 130
CRG0603F54K9 3-1622967-0 130
CRG0603F560K 1622968-1 130
CRG0603F560R 1622969-1 130
CRG0603F562K 1-1622969-0 130
CRG0603F562R 2-1622969-0 130
CRG0603F56K 1622970-1 130
CRG0603F56K/10 1622970-2 130
CRG0603F56K2 1-1622970-0 130
CRG0603F56R 1622971-1 130
CRG0603F56R2 1622971-5 130
CRG0603F576K 1-1622971-0 130
CRG0603F576R 1-1622971-5 130
CRG0603F57K6 2-1622971-0 130
CRG0603F590K 2-1622971-5 130
CRG0603F590R 3-1622971-0 130
CRG0603F59K 3-1622971-5 130
CRG0603F59R 4-1622971-0 130
CRG0603F5K1 1622972-1 130
CRG0603F5K11 1622973-1 130
CRG0603F5K23 1622974-1 130
CRG0603F5K36 1-1622974-0 130
CRG0603F5K49 2-1622974-0 130
CRG0603F5K6 1622975-1 130
CRG0603F5K62 1622976-1 130
CRG0603F5K9 1-1622976-0 130
CRG0603F5M6 1622976-2 130
CRG0603F5R11 1622977-1 130
CRG0603F5R6 1622977-2 130
CRG0603F604K 1-1622977-0 130
CRG0603F604R 2-1622977-0 130
CRG0603F60K4 3-1622977-0 130
CRG0603F60R4 4-1622977-0 130
CRG0603F619K 5-1622977-0 130
CRG0603F619R 1622978-1 130
CRG0603F61K9 1622979-1 130
CRG0603F61R9 1-1622979-0 130
CRG0603F620K 1622980-1 130
CRG0603F620R 1622981-1 130
CRG0603F62K 1622982-1 130
CRG0603F62R 1622983-1 130
CRG0603F634R 1622983-5 130
CRG0603F63K4 1-1622983-0 130
CRG0603F649K 2-1622983-0 130
CRG0603F649R 3-1622983-0 130
CRG0603F64K9 4-1622983-0 130
CRG0603F64R9 5-1622983-0 130
CRG0603F665R 6-1622983-0 130
CRG0603F680K 1622984-1 130
CRG0603F680R 1622985-1 130
CRG0603F681K 1-1622985-0 130
CRG0603F681R 1622986-1 130
CRG0603F68K 1622987-1 130
CRG0603F68K/10 1622987-2 130
CRG0603F68K1 1622987-3 130
CRG0603F68R 1622988-1 130
CRG0603F68R1 1-1622988-0 130
CRG0603F698K 1622989-1 130
CRG0603F698R 1-1622989-0 130
CRG0603F69K8 2-1622989-0 130
CRG0603F6K04 3-1622989-0 130
CRG0603F6K19 4-1622989-0 130
CRG0603F6K2 1622990-1 130
CRG0603F6K49 1-1622990-0 130
CRG0603F6K65 2-1622990-0 130
CRG0603F6K8 1622991-1 130
CRG0603F6K81 1622992-1 130
CRG0603F6K98 1-1622992-0 130
CRG0603F6M8 1-1622992-5 130
CRG0603F6R8 1622993-1 130
CRG0603F715K 1-1622993-0 130
CRG0603F715R 2-1622993-0 130
CRG0603F71K5 3-1622993-0 130
CRG0603F71R5 4-1622993-0 130
CRG0603F73K2 5-1622993-0 130
CRG0603F750K 1622994-1 130
CRG0603F750R 1622995-1 130
CRG0603F75K 1622996-1 130

* Please contact your Sales Representative for parts not listed



Part Number Index

Brand Part Number to Tyco Electronics Part Number Cross Reference *

Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

267

Part Num
ber Index

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

CRG0603F75R 1622997-1 130
CRG0603F76K8 1622997-5 130
CRG0603F76R8 1-1622997-0 130
CRG0603F787K 1-1622997-5 130
CRG0603F787R 2-1622997-0 130
CRG0603F78K7 2-1622997-5 130
CRG0603F78R7 3-1622997-0 130
CRG0603F7K15 3-1622997-5 130
CRG0603F7K32 1-1622998-0 130
CRG0603F7K5 1622998-1 130
CRG0603F7K87 2-1622998-0 130
CRG0603F806K 3-1622998-0 130
CRG0603F806R 4-1622998-0 130
CRG0603F80K6 5-1622998-0 130
CRG0603F820K 1622999-1 130
CRG0603F820R 1623000-1 130
CRG0603F820R/10 1623000-2 130
CRG0603F825K 1623000-5 130
CRG0603F825R 1623001-1 130
CRG0603F82K 1623002-1 130
CRG0603F82K/10 1623002-2 130
CRG0603F82K5 1-1623002-0 130
CRG0603F82R 1623003-1 130
CRG0603F82R5 1623003-5 130
CRG0603F84K5 1-1623003-0 130
CRG0603F866R 1-1623003-5 130
CRG0603F86K6 2-1623003-0 130
CRG0603F86R6 2-1623003-5 130
CRG0603F887R 3-1623003-0 130
CRG0603F88R7 1623003-2 130
CRG0603F8K06 3-1623003-5 130
CRG0603F8K2 1623004-1 130
CRG0603F8K25 1623005-1 130
CRG0603F8K66 1-1623005-0 130
CRG0603F8K87 1623006-1 130
CRG0603F8M2 1623006-2 130
CRG0603F8R2 1623006-3 130
CRG0603F909K 1-1623006-0 130
CRG0603F909R 1623007-1 130
CRG0603F90K9 1-1623007-0 130
CRG0603F90R9 2-1623007-0 130
CRG0603F910K 1623008-1 130
CRG0603F910R 1623009-1 130
CRG0603F91K 1623010-1 130
CRG0603F91R 1623011-1 130
CRG0603F931R 1623012-1 130
CRG0603F93R1 1623012-5 130
CRG0603F953R 1-1623012-0 130
CRG0603F95K3 1-1623012-5 130
CRG0603F95R3 2-1623012-0 130
CRG0603F976K 2-1623012-5 130
CRG0603F976R 3-1623012-0 130
CRG0603F97K6 3-1623012-5 130
CRG0603F97R6 4-1623012-0 130
CRG0603F9K09 1623013-1 130
CRG0603F9K1 1623014-1 130
CRG0603F9K53 1-1623014-0 130
CRG0603F9K76 2-1623014-0 130
CRG0603G100K 1623015-1 130
CRG0603G100K/10 1623015-2 130
CRG0603G180K 1623016-1 130
CRG0603G1K0/10 1623017-1 130
CRG0603G47K 1623018-1 130
CRG0603G820R 1623019-1 130
CRG0603J100K 1623020-1 130
CRG0603J100R 1623021-1 130
CRG0603J10K 1623022-1 130
CRG0603J10M 1623022-2 130
CRG0603J10R 1623023-1 130
CRG0603J110K 1623024-1 130
CRG0603J120K 1623024-5 130
CRG0603J120R 1623025-1 130
CRG0603J12K 1623025-5 130
CRG0603J12R 1-1623025-0 130
CRG0603J130R 1623026-1 130
CRG0603J13K 1623027-1 130
CRG0603J150K 1623028-1 130
CRG0603J150R 1623029-1 130
CRG0603J15K 1623030-1 130
CRG0603J15R 1623031-1 130
CRG0603J16K 1623032-1 130
CRG0603J180K 1623033-5 130
CRG0603J180R 1623033-1 130
CRG0603J18K 1623034-5 130
CRG0603J18R 1623034-1 130
CRG0603J1K0 1623035-1 130
CRG0603J1K2 1623035-5 130
CRG0603J1K5 1623036-1 130
CRG0603J1K8 1623037-1 130
CRG0603J1M0 1623038-1 130
CRG0603J1M2 1623038-2 130
CRG0603J1M5 1623039-1 130

CRG0603J1M8 1623039-2 130
CRG0603J1R0 1623040-1 130
CRG0603J1R2 1623041-1 130
CRG0603J1R5 1623042-1 130
CRG0603J1R8 1623043-1 130
CRG0603J20R 1623044-1 130
CRG0603J220K 1623045-1 130
CRG0603J220R 1623046-1 130
CRG0603J22K 1623047-1 130
CRG0603J22R 1623047-5 130
CRG0603J270K 1623048-5 130
CRG0603J270R 1623048-1 130
CRG0603J27K 1623049-1 130
CRG0603J27R 1623050-1 130
CRG0603J2K2 1623051-1 130
CRG0603J2K4 1623052-1 130
CRG0603J2K7 1623053-1 130
CRG0603J2M0 1623053-2 130
CRG0603J2M2 1623054-1 130
CRG0603J2M21 1623054-2 130
CRG0603J2M4 1623054-3 130
CRG0603J2M7 1623054-4 130
CRG0603J2R0 1623054-5 130
CRG0603J2R2 1623055-1 130
CRG0603J2R4 1623055-2 130
CRG0603J2R7 1623056-1 130
CRG0603J330K 1623057-5 130
CRG0603J330R 1623057-1 130
CRG0603J33K 1623058-1 130
CRG0603J33R 1623059-1 130
CRG0603J360K 1623060-1 130
CRG0603J360R 1623061-1 130
CRG0603J390K 1623062-1 130
CRG0603J390R 1623062-5 130
CRG0603J39K 1623063-1 130
CRG0603J39R 1623064-1 130
CRG0603J3K0 1623065-1 130
CRG0603J3K3 1623066-1 130
CRG0603J3K6 1623067-1 130
CRG0603J3K9 1623067-5 130
CRG0603J3M0 1623068-2 130
CRG0603J3M3 1623068-1 130
CRG0603J3M6 1623068-3 130
CRG0603J3M9 1623068-4 130
CRG0603J3R0 1623068-5 130
CRG0603J3R3 1623069-1 130
CRG0603J3R6 1623069-2 130
CRG0603J3R9 1623070-1 130
CRG0603J43K 1623071-1 130
CRG0603J470K 1623072-1 130
CRG0603J470R 1623073-1 130
CRG0603J47K 1623074-1 130
CRG0603J47R 1623075-1 130
CRG0603J4K7 1623076-1 130
CRG0603J4M7 1623077-1 130
CRG0603J4R7 1623078-1 130
CRG0603J510K 1623079-1 130
CRG0603J510R 1623080-1 130
CRG0603J560K 1623080-5 130
CRG0603J560R 1-1623080-0 130
CRG0603J56K 1-1623080-5 130
CRG0603J56R 1623081-1 130
CRG0603J5K6 1623082-1 130
CRG0603J5M1 1623082-3 130
CRG0603J5M6 1623082-2 130
CRG0603J5R1 1623083-3 130
CRG0603J5R49 1623083-2 130
CRG0603J5R6 1623083-1 130
CRG0603J680K 1623084-2 130
CRG0603J680R 1623084-1 130
CRG0603J68K 1623084-3 130
CRG0603J68R 1623084-4 130
CRG0603J6K2 1623085-1 130
CRG0603J6K8 1623086-1 130
CRG0603J6M2 1623086-3 130
CRG0603J6M8 1623086-2 130
CRG0603J6R2 1623087-2 130
CRG0603J6R8 1623087-1 130
CRG0603J750R 1623088-1 130
CRG0603J75R 1623089-1 130
CRG0603J7M5 1-1623089-0 130
CRG0603J7R5 2-1623089-0 130
CRG0603J820K 1623090-3 130
CRG0603J820R 1623090-2 130
CRG0603J82K 1623090-1 130
CRG0603J82R 1623091-1 130
CRG0603J8K2 1623092-1 130
CRG0603J8M2 1623092-2 130
CRG0603J8R2 1623093-1 130
CRG0603J9M1 2-1623093-0 130
CRG0603ZR 1623094-1 130
CRG0805F100K 1623095-1 130

CRG0805F100K/10 1623095-3 130
CRG0805F100R 1623096-1 130
CRG0805F100R/10 1623096-3 130
CRG0805F107K 1-1623096-0 130
CRG0805F10K 1623097-1 130
CRG0805F10K/10 1623097-3 130
CRG0805F10K5 1623098-1 130
CRG0805F10K7 1623098-2 130
CRG0805F10M 1623099-1 130
CRG0805F10R 1623100-1 130
CRG0805F110K 1623101-1 130
CRG0805F110R 1623102-1 130
CRG0805F115K 1623103-1 130
CRG0805F118K 1-1623103-0 130
CRG0805F11K 1623104-1 130
CRG0805F11K5 1-1623104-0 130
CRG0805F11R 1623105-1 130
CRG0805F11R4 1623105-2 130
CRG0805F120K 1623106-1 130
CRG0805F120R 1623107-1 130
CRG0805F121K 1-1623107-0 130
CRG0805F127K 1-1623107-5 130
CRG0805F12K 1623108-1 130
CRG0805F12M 1623108-2 130
CRG0805F12R 1623109-1 130
CRG0805F130K 1623110-1 130
CRG0805F130R 1623111-1 130
CRG0805F13K 1623112-1 130
CRG0805F13K3 1623113-1 130
CRG0805F13R 1623114-1 130
CRG0805F140K 1623115-1 130
CRG0805F14K 1623115-5 130
CRG0805F150K 1623116-1 130
CRG0805F150R 1623117-1 130
CRG0805F15K 1623118-1 130
CRG0805F15M 1623118-2 130
CRG0805F15R 1623119-1 130
CRG0805F160K 1623120-1 130
CRG0805F160R 1623121-1 130
CRG0805F162R 1-1623121-0 130
CRG0805F169K 1623122-1 130
CRG0805F16K 1623123-1 130
CRG0805F16K9 1623123-2 130
CRG0805F16R 1623124-1 130
CRG0805F16R2 1623125-1 130
CRG0805F180K 1623126-1 130
CRG0805F180R 1623127-1 130
CRG0805F18K 1623128-1 130
CRG0805F18R 1623129-1 130
CRG0805F191K 1623130-1 130
CRG0805F1K0 1623131-1 130
CRG0805F1K0/10 1623131-2 130
CRG0805F1K1 1623132-1 130
CRG0805F1K2 1623133-1 130
CRG0805F1K2/10 1623442-2 130
CRG0805F1K21 1623134-1 130
CRG0805F1K3 1623135-1 130
CRG0805F1K33 1623136-1 130
CRG0805F1K5 1623137-1 130
CRG0805F1K5/10 1623446-2 130
CRG0805F1K6 1623138-1 130
CRG0805F1K62 1623139-1 130
CRG0805F1K69 1623138-2 130
CRG0805F1K8 1623140-1 130
CRG0805F1M0 1623141-1 130
CRG0805F1M2 1623142-1 130
CRG0805F1M3 1623143-1 130
CRG0805F1M5 1623144-1 130
CRG0805F1M8 1623145-1 130
CRG0805F1R0 1623146-1 130
CRG0805F1R2 1623146-2 130
CRG0805F1R5 1623146-3 130
CRG0805F1R8 1623146-4 130
CRG0805F200K 1623147-1 130
CRG0805F200R 1623148-1 130
CRG0805F205K 1-1623148-0 130
CRG0805F20K 1623149-1 130
CRG0805F20R 1623150-1 130
CRG0805F210K 1623151-1 130
CRG0805F215R 1623152-1 130
CRG0805F21K 1623153-2 130
CRG0805F21K5 1623153-1 130
CRG0805F21R 1623154-1 130
CRG0805F220K 1623155-1 130
CRG0805F220R 1623156-1 130
CRG0805F22K 1623157-1 130
CRG0805F22K1 1623157-5 130
CRG0805F22R 1623158-1 130
CRG0805F232K 1623159-1 130
CRG0805F240K 1623160-1 130
CRG0805F240R 1623161-1 130
CRG0805F249K 1623162-1 130

CRG0805F249R 1-1623162-0 130
CRG0805F24K 1623163-1 130
CRG0805F24K3 1623164-1 130
CRG0805F24K9 1623164-2 130
CRG0805F24R 1623165-1 130
CRG0805F25K5 1623166-1 130
CRG0805F261K 1623167-1 130
CRG0805F26K7 1623167-5 130
CRG0805F270K 1623168-1 130
CRG0805F270R 1623169-1 130
CRG0805F274K 1623169-4 130
CRG0805F27K 1623170-1 130
CRG0805F27R 1623171-1 130
CRG0805F27R4 1623171-2 130
CRG0805F280K 1623172-1 130
CRG0805F2K0 1623173-1 130
CRG0805F2K2 1623174-1 130
CRG0805F2K2/10 1623174-2 130
CRG0805F2K21 1623175-1 130
CRG0805F2K26 1623176-1 130
CRG0805F2K32 1623177-1 130
CRG0805F2K37 1623178-1 130
CRG0805F2K4 1623179-1 130
CRG0805F2K43 1623179-2 130
CRG0805F2K49 1623180-1 130
CRG0805F2K61 1623180-2 130
CRG0805F2K7 1623181-1 130
CRG0805F2K74 1623182-1 130
CRG0805F2K87 1-1623181-0 130
CRG0805F2M0 1623183-1 130
CRG0805F2M2 1623184-1 130
CRG0805F2M4 1623185-1 130
CRG0805F2M43 1623185-2 130
CRG0805F2M7 1623185-3 130
CRG0805F2M8 1623186-1 130
CRG0805F2R2 1-1623186-0 130
CRG0805F2R7 1-1623186-2 130
CRG0805F300K 1623187-1 130
CRG0805F300R 1623188-1 130
CRG0805F301K 1623189-1 130
CRG0805F301R 1623190-1 130
CRG0805F30K 1623191-1 130
CRG0805F30K1 1623191-2 130
CRG0805F30R 1623192-1 130
CRG0805F324K 1623193-1 130
CRG0805F324R 1623193-5 130
CRG0805F330K 1623194-1 130
CRG0805F330R 1623195-1 130
CRG0805F330R/10 1623195-2 130
CRG0805F332K 1623196-5 130
CRG0805F332R 1623196-1 130
CRG0805F33K 1623197-1 130
CRG0805F33K2 1623197-5 130
CRG0805F33R 1623198-1 130
CRG0805F340K 1623199-1 130
CRG0805F348R 1623200-1 130
CRG0805F360K 1623201-1 130
CRG0805F360R 1623202-1 130
CRG0805F36K 1623203-1 130
CRG0805F36R 1623204-1 130
CRG0805F36R5 1623205-1 130
CRG0805F383K 1623206-1 130
CRG0805F390K 1623207-1 130
CRG0805F390R 1623208-1 130
CRG0805F392R 1623208-5 130
CRG0805F39K 1623209-1 130
CRG0805F39K2 1623210-1 130
CRG0805F39R 1623211-1 130
CRG0805F3K0 1623212-1 130
CRG0805F3K01 1623213-1 130
CRG0805F3K3 1623214-1 130
CRG0805F3K3/10 1623214-2 130
CRG0805F3K32 1623214-5 130
CRG0805F3K48 1623215-1 130
CRG0805F3K6 1623216-1 130
CRG0805F3K65 1623217-1 130
CRG0805F3K74 1-1623216-0 130
CRG0805F3K9 1623218-1 130
CRG0805F3M0 1623219-1 130
CRG0805F3M3 1623220-1 130
CRG0805F3M6 1623221-1 130
CRG0805F3M9 1623221-2 130
CRG0805F3R3 1623221-3 130
CRG0805F3R9 1623221-4 130
CRG0805F3R92 1623222-1 130
CRG0805F402K 1623223-1 130
CRG0805F430K 1623224-1 130
CRG0805F430R 1623225-1 130
CRG0805F432R 1623225-5 130
CRG0805F43K 1623226-1 130
CRG0805F43R 1623227-1 130
CRG0805F44K2 1623228-1 130

* Please contact your Sales Representative for parts not listed
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CRG0805F453K 1623229-1 130
CRG0805F45K3 1-1623229-0 130
CRG0805F45R3 1623230-1 130
CRG0805F470K 1623231-1 130
CRG0805F470R 1623232-1 130
CRG0805F475K 1623233-2 130
CRG0805F475R 1623233-1 130
CRG0805F47K 1623234-1 130
CRG0805F47K5 1623234-5 130
CRG0805F47R 1623235-1 130
CRG0805F47R5 1623235-5 130
CRG0805F487R 1-1623235-0 130
CRG0805F48K7 2-1623235-0 130
CRG0805F499K 1623236-1 130
CRG0805F499R 1623237-1 130
CRG0805F4K3 1623238-1 130
CRG0805F4K42 1-1623238-0 130
CRG0805F4K7 1623239-1 130
CRG0805F4K75 1623239-5 130
CRG0805F4K87 1623239-4 130
CRG0805F4K99 1623239-3 130
CRG0805F4M22 1623240-2 130
CRG0805F4M42 1623240-1 130
CRG0805F4M7 1623240-3 130
CRG0805F4R7 1623241-1 130
CRG0805F510K 1623242-1 130
CRG0805F510R 1623243-1 130
CRG0805F51K 1623244-1 130
CRG0805F51K1 1623245-1 130
CRG0805F51R 1623246-1 130
CRG0805F51R1 1623247-1 130
CRG0805F523R 1623247-2 130
CRG0805F53K6 1623248-1 130
CRG0805F549K 1623249-1 130
CRG0805F549R 1623249-5 130
CRG0805F54K9 1-1623249-0 130
CRG0805F54R9 1623250-1 130
CRG0805F560K 1623251-1 130
CRG0805F560R 1623252-1 130
CRG0805F562K 1623253-1 130
CRG0805F56K 1623254-1 130
CRG0805F56K2 1623255-1 130
CRG0805F56R 1623256-1 130
CRG0805F5K1 1623257-1 130
CRG0805F5K11 1623258-1 130
CRG0805F5K23 1623259-1 130
CRG0805F5K4 1623260-2 130
CRG0805F5K49 1623260-1 130
CRG0805F5K6 1623261-1 130
CRG0805F5K62 1623261-5 130
CRG0805F5M6 1623261-6 130
CRG0805F5R1 1623262-1 130
CRG0805F5R6 1623262-2 130
CRG0805F604K 1623263-1 130
CRG0805F60K4 1-1623263-0 130
CRG0805F619K 2-1623263-0 130
CRG0805F619R 1623264-1 130
CRG0805F620K 1623265-1 130
CRG0805F620R 1623266-1 130
CRG0805F62K 1623267-1 130
CRG0805F62R 1623268-1 130
CRG0805F64K9 1-1623268-0 130
CRG0805F66R5 1623269-1 130
CRG0805F680K 1623270-1 130
CRG0805F680R 1623271-1 130
CRG0805F681R 1623272-1 130
CRG0805F68K 1623273-1 130
CRG0805F68K1 1623273-2 130
CRG0805F68R 1623274-1 130
CRG0805F68R1 1623274-2 130
CRG0805F698K 1623275-1 130
CRG0805F6K19 1-1623275-0 130
CRG0805F6K2 1623276-1 130
CRG0805F6K34 1-1623276-0 130
CRG0805F6K65 1623277-1 130
CRG0805F6K8 1623278-1 130
CRG0805F6K81 1623278-2 130
CRG0805F6M8 1623278-3 130
CRG0805F6R04 1623279-1 130
CRG0805F6R8 1623279-2 130
CRG0805F750K 1623280-1 130
CRG0805F750R 1623281-1 130
CRG0805F75K 1623282-1 130
CRG0805F75R 1623283-1 130
CRG0805F76K8 1-1623283-0 130
CRG0805F787K 2-1623283-0 130
CRG0805F78K7 3-1623283-0 130
CRG0805F7K15 1623284-1 130
CRG0805F7K5 1623285-1 130
CRG0805F7R5 1623286-1 130
CRG0805F806K 1623287-1 130
CRG0805F820K 1623288-1 130

CRG0805F820R 1623289-1 130
CRG0805F825R 1623289-5 130
CRG0805F82K 1623290-1 130
CRG0805F82R 1623291-1 130
CRG0805F82R5 1623291-5 130
CRG0805F845K 1-1623291-0 130
CRG0805F8K2 1623292-1 130
CRG0805F8K25 1623293-1 130
CRG0805F8M2 1623293-2 130
CRG0805F8R2 1623294-1 130
CRG0805F909K 1623295-1 130
CRG0805F910K 1623296-1 130
CRG0805F910R 1623297-1 130
CRG0805F91K 1623298-1 130
CRG0805F91R 1623299-1 130
CRG0805F95K3 1623299-4 130
CRG0805F97K6 1-1623299-0 130
CRG0805F9K09 1623300-1 130
CRG0805F9K1 1623301-1 130
CRG0805F9K31 1623301-4 130
CRG0805G180R 1623302-1 130
CRG0805G22K 1623303-1 130
CRG0805G680K 1623304-1 130
CRG0805G820R 1623305-1 130
CRG0805J100K 1623306-1 130
CRG0805J100K/10 1-1623306-0 130
CRG0805J100R 1623307-1 130
CRG0805J100R/10 1-1623307-0 130
CRG0805J10K 1623308-1 130
CRG0805J10K/10 1-1623308-0 130
CRG0805J10M 1623309-1 130
CRG0805J10R 1623310-1 130
CRG0805J110K 1623311-1 130
CRG0805J11R 1623312-1 130
CRG0805J120K 1623313-2 130
CRG0805J120K/10 2-1623313-0 130
CRG0805J120R 1623313-1 130
CRG0805J12K 1623314-1 130
CRG0805J12K/10 1-1623314-0 130
CRG0805J12R 1623315-1 130
CRG0805J13K 1623316-1 130
CRG0805J13R 1623317-1 130
CRG0805J150K 1623318-1 130
CRG0805J150K/10 1-1623318-0 130
CRG0805J150R 1623319-1 130
CRG0805J15K 1623320-1 130
CRG0805J15K/10 1-1623320-0 130
CRG0805J15R 1623321-1 130
CRG0805J160K 1623322-1 130
CRG0805J160R 1623323-1 130
CRG0805J16K 1623324-1 130
CRG0805J180K 1623325-2 130
CRG0805J180K/10 2-1623325-0 130
CRG0805J180R 1623325-1 130
CRG0805J180R/10 1-1623325-0 130
CRG0805J18K 1623326-1 130
CRG0805J18K/10 1-1623326-0 130
CRG0805J18R 1623326-2 130
CRG0805J18R/10 2-1623326-0 130
CRG0805J1K0 1623327-1 130
CRG0805J1K0/10 1-1623327-0 130
CRG0805J1K2 1623328-1 130
CRG0805J1K5 1623329-1 130
CRG0805J1K5/10 1-1623329-0 130
CRG0805J1K8 1623330-1 130
CRG0805J1K8/10 1-1623330-0 130
CRG0805J1M0 1623331-1 130
CRG0805J1M0/10 1-1623331-0 130
CRG0805J1M2 1623332-1 130
CRG0805J1M5 1623333-1 130
CRG0805J1M5/10 1-1623333-0 130
CRG0805J1M8 1623334-1 130
CRG0805J1R0 1623335-1 130
CRG0805J1R2 1623336-1 130
CRG0805J1R5 1623337-1 130
CRG0805J1R8 1623338-1 130
CRG0805J200K 1630883-1 130
CRG0805J20K 1623339-1 130
CRG0805J20R 1623340-1 130
CRG0805J220K 1623341-1 130
CRG0805J220K/10 1-1623341-0 130
CRG0805J220R 1623342-1 130
CRG0805J220R/10 1-1623342-0 130
CRG0805J22K 1623343-1 130
CRG0805J22K/10 1-1623343-0 130
CRG0805J22R 1623344-1 130
CRG0805J240K 1623345-1 130
CRG0805J24R 1623346-1 130
CRG0805J270K 1623347-1 130
CRG0805J270K/10 1-1623347-0 130
CRG0805J270R 1623348-1 130
CRG0805J270R/10 1-1623348-0 130

CRG0805J27K 1623349-1 130
CRG0805J27K/10 1-1623349-0 130
CRG0805J27R 1623350-1 130
CRG0805J2K2 1623351-1 130
CRG0805J2K2/10 1-1623351-0 130
CRG0805J2K4 1623352-1 130
CRG0805J2K7 1623353-1 130
CRG0805J2K7/10 1-1623353-0 130
CRG0805J2M2 1623354-1 130
CRG0805J2M2/10 1-1623354-0 130
CRG0805J2M7 1623355-1 130
CRG0805J2R2 1623356-1 130
CRG0805J2R7 1623357-1 130
CRG0805J300K 5-1623357-1 130
CRG0805J30K 5-1623357-0 130
CRG0805J330K 1623358-1 130
CRG0805J330R 1623359-1 130
CRG0805J330R/10 1-1623359-0 130
CRG0805J33K 1623360-1 130
CRG0805J33K/10 1-1623360-0 130
CRG0805J33R 1623361-1 130
CRG0805J33R/10 1-1623361-0 130
CRG0805J360K 1623362-1 130
CRG0805J36K 1-1623362-0 130
CRG0805J390K 1623363-1 130
CRG0805J390K/10 1-1623363-0 130
CRG0805J390R 1623364-1 130
CRG0805J39K 1623365-1 130
CRG0805J39K/10 1-1623365-0 130
CRG0805J39R 1623366-1 130
CRG0805J3K3 1623367-1 130
CRG0805J3K3/10 1-1623367-0 130
CRG0805J3K9 1623368-1 130
CRG0805J3K9/10 1-1623368-0 130
CRG0805J3M3 1623369-1 130
CRG0805J3M9 1623370-1 130
CRG0805J3R3 1623371-1 130
CRG0805J3R9 1623372-1 130
CRG0805J43R 1623373-1 130
CRG0805J470K 1623374-1 130
CRG0805J470K/10 1-1623374-0 130
CRG0805J470R 1623375-1 130
CRG0805J470R/10 1-1623375-0 130
CRG0805J47K 1623376-1 130
CRG0805J47K/10 1-1623376-0 130
CRG0805J47R 1623377-1 130
CRG0805J47R/10 1-1623377-0 130
CRG0805J4K7 1623378-1 130
CRG0805J4K7/10 1-1623378-0 130
CRG0805J4M7 1623379-1 130
CRG0805J4M7/10 1-1623379-0 130
CRG0805J4R7 1623380-1 130
CRG0805J510R 1623381-1 130
CRG0805J560K 1623382-1 130
CRG0805J560R 1623382-2 130
CRG0805J56K 1623383-1 130
CRG0805J56K/10 1-1623383-0 130
CRG0805J56R 1623384-1 130
CRG0805J5K6 1623385-1 130
CRG0805J5K6/10 1-1623385-0 130
CRG0805J5M6 1623386-1 130
CRG0805J5R6 1623387-1 130
CRG0805J680K 1623388-1 130
CRG0805J680K/10 1-1623388-0 130
CRG0805J680R 1623389-1 130
CRG0805J680R/10 1-1623389-0 130
CRG0805J68K 1623390-2 130
CRG0805J68K/10 2-1623390-0 130
CRG0805J68R 1623390-1 130
CRG0805J6K8 1623391-1 130
CRG0805J6K8/10 1-1623391-0 130
CRG0805J6M8 1623392-1 130
CRG0805J6R8 1623393-1 130
CRG0805J75K 1623394-1 130
CRG0805J75R 1623394-2 130
CRG0805J7K5 1630884-1 130
CRG0805J820K 1623395-2 130
CRG0805J820R 1623395-1 130
CRG0805J820R/10 1-1623395-0 130
CRG0805J82K 1623396-1 130
CRG0805J82K/10 1-1623396-0 130
CRG0805J82R 1623396-2 130
CRG0805J82R/10 2-1623396-0 130
CRG0805J8K2 1623397-1 130
CRG0805J8K2/10 1-1623397-0 130
CRG0805J8M2 1623398-1 130
CRG0805J8R2 1623399-1 130
CRG0805J91K 1623400-1 130
CRG0805J9R1 2-1623400-0 130
CRG0805ZR 1623401-1 130
CRG0805ZR/10 1-1623401-0 130
CRG1206F100K 1623402-1 130

CRG1206F100K/10 1-1623402-0 130
CRG1206F100R 1623403-1 130
CRG1206F102K 1-1623403-0 130
CRG1206F10K 1623404-1 130
CRG1206F10K/10 1-1623404-0 130
CRG1206F10M 1623405-1 130
CRG1206F10R 1623406-1 130
CRG1206F10R/10 1623406-2 130
CRG1206F110K 1623407-1 130
CRG1206F110R 1623408-1 130
CRG1206F11K 1-1623409-0 130
CRG1206F11K5 1623409-1 130
CRG1206F11K8 1623410-1 130
CRG1206F11R 1623411-1 130
CRG1206F11R3 1623411-2 130
CRG1206F120K 1623412-1 130
CRG1206F120R 1623413-1 130
CRG1206F121K 1623414-1 130
CRG1206F124K 1623415-1 130
CRG1206F127R 1623416-1 130
CRG1206F12K 1623417-1 130
CRG1206F12K1 1623418-1 130
CRG1206F12M 1623418-2 130
CRG1206F12R 1623419-1 130
CRG1206F130K 1623420-1 130
CRG1206F130R 1623421-1 130
CRG1206F13K 1623422-1 130
CRG1206F13R 1623423-1 130
CRG1206F140R 1623424-2 130
CRG1206F14K 1623424-1 130
CRG1206F14K3 1623425-1 130
CRG1206F150K 1623426-1 130
CRG1206F150K/10 1623426-2 130
CRG1206F150R 1623427-1 130
CRG1206F15K 1623428-1 130
CRG1206F15M 1623428-2 130
CRG1206F15R 1623429-1 130
CRG1206F160K 1623430-1 130
CRG1206F160R 1623431-1 130
CRG1206F162K 1-1623431-0 130
CRG1206F162R 2-1623431-0 130
CRG1206F16K 1623432-1 130
CRG1206F16R 1623433-1 130
CRG1206F16R9 1623434-1 130
CRG1206F178K 1-1623434-0 130
CRG1206F178R 2-1623434-0 130
CRG1206F180K 1623435-1 130
CRG1206F180R 1623436-1 130
CRG1206F187K 1-1623436-0 130
CRG1206F18K 1623437-1 130
CRG1206F18M 1623437-2 130
CRG1206F18R 1623438-1 130
CRG1206F19K1 1623439-1 130
CRG1206F1K0 1623440-1 130
CRG1206F1K0/10 1-1623440-0 130
CRG1206F1K1 1623441-1 130
CRG1206F1K1/10 1623441-2 130
CRG1206F1K13 1623441-3 130
CRG1206F1K2 1623442-1 130
CRG1206F1K21 1623443-1 130
CRG1206F1K3 1623444-1 130
CRG1206F1K33 1623445-1 130
CRG1206F1K47 1-1623444-0 130
CRG1206F1K5 1623446-1 130
CRG1206F1K6 1623447-1 130
CRG1206F1K8 1623448-1 130
CRG1206F1K96 1623449-1 130
CRG1206F1M0 1623450-1 130
CRG1206F1M0/10 1-1623450-0 130
CRG1206F1M2 1623450-2 130
CRG1206F1M5 1623451-1 130
CRG1206F1M8 1623451-2 130
CRG1206F1R0 1623452-1 130
CRG1206F1R2 1623452-2 130
CRG1206F1R5 1623453-1 130
CRG1206F1R8 1623454-1 130
CRG1206F200K 1623455-1 130
CRG1206F200R 1623456-1 130
CRG1206F20K 1623457-1 130
CRG1206F20R 1623458-1 130
CRG1206F220K 1623459-1 130
CRG1206F220R 1623460-1 130
CRG1206F22K 1623461-1 130
CRG1206F22K/10 1-1623461-0 130
CRG1206F22K1 1623461-2 130
CRG1206F22K6 1623462-1 130
CRG1206F22M 1623462-2 130
CRG1206F22R 1623463-1 130
CRG1206F240K 1623464-1 130
CRG1206F240R 1623465-1 130
CRG1206F249R 1623466-1 130
CRG1206F24K 1623467-1 130

* Please contact your Sales Representative for parts not listed
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CRG1206F24R 1623468-1 130
CRG1206F270K 1623469-1 130
CRG1206F270R 1623470-1 130
CRG1206F27K 1623471-1 130
CRG1206F27K4 1623471-4 130
CRG1206F27R 1623472-1 130
CRG1206F29K4 1623473-1 130
CRG1206F2K0 1623474-1 130
CRG1206F2K2 1623475-1 130
CRG1206F2K2/10 1-1623475-0 130
CRG1206F2K37 1623476-1 130
CRG1206F2K4 1623477-1 130
CRG1206F2K7 1623478-1 130
CRG1206F2K74 1623478-4 130
CRG1206F2M0 1623479-1 130
CRG1206F2M2 1623480-1 130
CRG1206F2M7 1623480-2 130
CRG1206F2R0 1623481-2 130
CRG1206F2R2 1623481-1 130
CRG1206F2R7 1623482-1 130
CRG1206F300K 1623483-1 130
CRG1206F300R 1623484-1 130
CRG1206F301K 1623484-5 130
CRG1206F30K 1623485-1 130
CRG1206F30R 1623486-1 130
CRG1206F330K 1623487-1 130
CRG1206F330K/10 1623487-2 130
CRG1206F330R 1623488-1 130
CRG1206F330R/10 1623488-2 130
CRG1206F33K 1623489-1 130
CRG1206F33R 1623490-1 130
CRG1206F357R 1623491-1 130
CRG1206F360K 1623492-1 130
CRG1206F360R 1623493-1 130
CRG1206F36K 1623494-1 130
CRG1206F36R 1623495-1 130
CRG1206F390K 1623496-1 130
CRG1206F390R 1623497-1 130
CRG1206F392R 1623497-2 130
CRG1206F39K 1623498-1 130
CRG1206F39R 1623499-1 130
CRG1206F3K0 1623500-1 130
CRG1206F3K0/10 1623500-2 130
CRG1206F3K01 1623501-1 130
CRG1206F3K3 1623502-1 130
CRG1206F3K3/10 1623503-2 130
CRG1206F3K32 1-1623502-0 130
CRG1206F3K57 1623503-1 130
CRG1206F3K6 1623504-1 130
CRG1206F3K9 1623505-1 130
CRG1206F3M3 1623506-1 130
CRG1206F3M9 1623506-2 130
CRG1206F3R3 1623506-3 130
CRG1206F3R9 1623507-1 130
CRG1206F3R92 1623508-1 130
CRG1206F422R 1623509-1 130
CRG1206F430K 1623510-1 130
CRG1206F430R 1623511-1 130
CRG1206F43K 1623512-1 130
CRG1206F43K2 1623513-1 130
CRG1206F43R 1623514-1 130
CRG1206F44K2 1623515-1 130
CRG1206F470K 1623516-1 130
CRG1206F470R 1623517-1 130
CRG1206F470R/10 1623517-2 130
CRG1206F47K 1623518-1 130
CRG1206F47K/10 1-1623518-0 130
CRG1206F47K5 1623518-5 130
CRG1206F47R 1623519-1 130
CRG1206F47R/10 1623519-2 130
CRG1206F499K 1623520-2 130
CRG1206F499R 1623520-1 130
CRG1206F49K9 1623521-1 130
CRG1206F49R9 1-1623521-0 130
CRG1206F4K02 1623522-1 130
CRG1206F4K3 1623523-1 130
CRG1206F4K64 1623524-1 130
CRG1206F4K7 1623525-1 130
CRG1206F4K7/10 1-1623525-0 130
CRG1206F4K75 1623525-5 130
CRG1206F4K99 1623526-1 130
CRG1206F4M7 1623527-1 130
CRG1206F4R7 1623528-1 130
CRG1206F4R99 1623528-2 130
CRG1206F510K 1623529-1 130
CRG1206F510R 1623530-1 130
CRG1206F51K 1623531-1 130
CRG1206F51R 1623532-1 130
CRG1206F52K3 1623532-2 130
CRG1206F54R9 1623533-1 130
CRG1206F560K 1623534-1 130
CRG1206F560R 1623535-1 130

CRG1206F56K 1623536-1 130
CRG1206F56R 1623537-1 130
CRG1206F5K1 1623538-1 130
CRG1206F5K23 1623539-1 130
CRG1206F5K36 1623540-1 130
CRG1206F5K6 1623541-1 130
CRG1206F5K9 1623542-1 130
CRG1206F5M6 1623542-2 130
CRG1206F5R6 1623542-3 130
CRG1206F60R4 1623543-1 130
CRG1206F620K 1623544-1 130
CRG1206F620R 1623545-1 130
CRG1206F62K 1623546-1 130
CRG1206F62R 1623547-1 130
CRG1206F680K 1623548-1 130
CRG1206F680R 1623549-1 130
CRG1206F68K 1623550-1 130
CRG1206F68R 1623551-1 130
CRG1206F6K19 1623552-1 130
CRG1206F6K2 1623553-1 130
CRG1206F6K8 1623554-1 130
CRG1206F6K81 1623555-1 130
CRG1206F6M8 1623556-1 130
CRG1206F6R8 1623557-1 130
CRG1206F715R 1623558-1 130
CRG1206F750K 1623559-1 130
CRG1206F750R 1623560-1 130
CRG1206F75K 1623561-1 130
CRG1206F75R 1623562-1 130
CRG1206F768R 1623563-1 130
CRG1206F787R 1623564-1 130
CRG1206F7K5 1623565-1 130
CRG1206F7K5/10 1623565-2 130
CRG1206F7K87 1623566-1 130
CRG1206F820K 1623567-1 130
CRG1206F820R 1623568-1 130
CRG1206F82K 1623569-1 130
CRG1206F82R 1623570-1 130
CRG1206F86R6 1623571-1 130
CRG1206F887R 1623572-1 130
CRG1206F8K2 1623573-1 130
CRG1206F8M2 1623573-2 130
CRG1206F8R2 1623573-3 130
CRG1206F910K 1623574-1 130
CRG1206F910R 1623575-1 130
CRG1206F91K 1623576-1 130
CRG1206F91R 1623577-1 130
CRG1206F95R3 1623578-1 130
CRG1206F9K1 1623579-1 130
CRG1206G120R 1623580-1 130
CRG1206G1M5 1623581-1 130
CRG1206G200K 1623582-1 130
CRG1206G220R 1623583-1 130
CRG1206G36K 1623584-1 130
CRG1206G390R 1623585-1 130
CRG1206G3K0 1623586-1 130
CRG1206G51R 1623587-1 130
CRG1206G680R 1623588-1 130
CRG1206G6K8 1623589-1 130
CRG1206G91K 1623590-1 130
CRG1206J100K 1623591-1 130
CRG1206J100K/10 1623591-2 130
CRG1206J100R 1623592-1 130
CRG1206J10K 1623593-1 130
CRG1206J10M 1623594-1 130
CRG1206J10R 1623595-1 130
CRG1206J120K 1623596-1 130
CRG1206J120R 1623597-1 130
CRG1206J12K 1623598-1 130
CRG1206J12R 1623599-1 130
CRG1206J13R 1623600-1 130
CRG1206J150K 1623601-1 130
CRG1206J150R 1623602-1 130
CRG1206J15K 1623603-1 130
CRG1206J15R 1623603-2 130
CRG1206J160K 1623604-1 130
CRG1206J160R 1623605-1 130
CRG1206J16K 1623606-1 130
CRG1206J16R 1623607-1 130
CRG1206J180K 1623608-1 130
CRG1206J180R 1623609-1 130
CRG1206J18K 1623610-1 130
CRG1206J18R 1623610-2 130
CRG1206J1K0 1623611-1 130
CRG1206J1K1 1623612-1 130
CRG1206J1K2 1623613-1 130
CRG1206J1K2/10 1623613-2 130
CRG1206J1K5 1623614-1 130
CRG1206J1K6 1623615-1 130
CRG1206J1K8 1623615-2 130
CRG1206J1M0 1623616-1 130
CRG1206J1M2 1623617-1 130

CRG1206J1M5 1623618-1 130
CRG1206J1M8 1623619-1 130
CRG1206J1R0 1623620-1 130
CRG1206J1R2 1623621-1 130
CRG1206J1R5 1623621-2 130
CRG1206J1R8 1623621-3 130
CRG1206J200K 1623622-1 130
CRG1206J20K 1623623-1 130
CRG1206J220K 1623624-1 130
CRG1206J220R 1623625-1 130
CRG1206J22K 1623626-1 130
CRG1206J22M 1623627-2 130
CRG1206J22R 1623627-1 130
CRG1206J240R 1623628-1 130
CRG1206J270K 1623629-1 130
CRG1206J270R 1623630-1 130
CRG1206J27K 1623631-1 130
CRG1206J27K/10 1623631-2 130
CRG1206J27R 1623632-1 130
CRG1206J2K0 1623633-1 130
CRG1206J2K2 1623634-1 130
CRG1206J2K2/10 1623634-2 130
CRG1206J2K4 1-1623634-0 130
CRG1206J2K7 1623635-1 130
CRG1206J2M0 1623636-1 130
CRG1206J2M2 1623637-1 130
CRG1206J2M7 1623638-1 130
CRG1206J2R2 1623639-1 130
CRG1206J2R7 1623640-1 130
CRG1206J330K 1623641-1 130
CRG1206J330R 1623642-1 130
CRG1206J33K 1623643-1 130
CRG1206J33R 1623644-1 130
CRG1206J36R 1623645-1 130
CRG1206J390K 1623646-2 130
CRG1206J390R 1623646-1 130
CRG1206J39K 1623647-1 130
CRG1206J39R 1623648-1 130
CRG1206J3K3 1623649-1 130
CRG1206J3K3/10 1623649-2 130
CRG1206J3K9 1623650-1 130
CRG1206J3M9 1623651-1 130
CRG1206J3R0 1623652-1 130
CRG1206J3R3 1623652-2 130
CRG1206J3R9 1623653-1 130
CRG1206J430R 1623654-1 130
CRG1206J43K 1623655-1 130
CRG1206J470K 1623656-1 130
CRG1206J470R 1623657-1 130
CRG1206J47K 1623658-1 130
CRG1206J47R 1623659-1 130
CRG1206J4K3 1623660-1 130
CRG1206J4K7 1623661-1 130
CRG1206J4M7 1623662-1 130
CRG1206J4R7 1623663-1 130
CRG1206J510K 1623664-1 130
CRG1206J510R 1623664-5 130
CRG1206J51K 1623665-1 130
CRG1206J51R 1623666-1 130
CRG1206J560K 1623667-1 130
CRG1206J560R 1623668-1 130
CRG1206J56K 1623669-1 130
CRG1206J56R 1623670-1 130
CRG1206J5K1 1623671-1 130
CRG1206J5K6 1623672-1 130
CRG1206J5R1 1623673-1 130
CRG1206J5R6 1623674-1 130
CRG1206J62R 1623675-1 130
CRG1206J680K 1623676-1 130
CRG1206J680R 1623677-1 130
CRG1206J68K 1623678-1 130
CRG1206J68R 1623679-1 130
CRG1206J6K8 1623680-1 130
CRG1206J6M8 1623681-1 130
CRG1206J6R2 1623682-1 130
CRG1206J6R8 1623683-1 130
CRG1206J750K 1623684-1 130
CRG1206J750R 1623685-1 130
CRG1206J7R5 1623686-1 130
CRG1206J820K 1623687-2 130
CRG1206J820R 1623687-1 130
CRG1206J82K 1623688-1 130
CRG1206J82R 1623689-1 130
CRG1206J8K2 1623690-1 130
CRG1206J8R2 1623691-1 130
CRG1206J910R 1623692-1 130
CRG1206ZR 1623693-1 130
CRG1206ZR/10 1623693-2 130
CRG1210F1K4 1-1623694-0 130
CRG1210J1K8 1623694-1 130
CRG2010F1R2 1623695-1 130
CRG2010F220R 1623695-2 130

CRG2010F27K 1623695-3 130
CRG2010F2K2 1623695-4 130
CRG2010J10K 1623695-5 130
CRG2010J220R 1623695-6 130
CRG2010J2K4 1623695-8 130
CRG2010J4R7 1623695-7 130
CRG2512F100R 1623696-1 130
CRG2512F10R 4-1623696-1 130
CRG2512F18R 4-1623696-4 130
CRG2512F332R 4-1623696-2 130
CRG2512F392R 4-1623696-3 130
CRG2512F4R7 4-1623696-5 130
CRG2512J100K 1623696-2 130
CRG2512J10R 1623696-3 130
CRG2512J120R 1623696-4 130
CRG2512J12R 1623696-5 130
CRG2512J150K 1623696-6 130
CRG2512J150R 1623696-7 130
CRG2512J18K 1623696-8 130
CRG2512J1K0 1623696-9 130
CRG2512J1K8 1-1623696-0 130
CRG2512J1M0 1-1623696-1 130
CRG2512J1R0 1-1623696-2 130
CRG2512J1R2 1-1623696-3 130
CRG2512J1R5 1-1623696-4 130
CRG2512J1R8 1-1623696-5 130
CRG2512J220R 1-1623696-6 130
CRG2512J22K 1-1623696-7 130
CRG2512J22R 1-1623696-8 130
CRG2512J270R 1-1623696-9 130
CRG2512J27R 2-1623696-0 130
CRG2512J2K2 2-1623696-1 130
CRG2512J2R2 3-1623696-6 130
CRG2512J330R 2-1623696-2 130
CRG2512J33K 2-1623696-3 130
CRG2512J33R 2-1623696-4 130
CRG2512J390R 3-1623696-7 130
CRG2512J39R 3-1623696-8 130
CRG2512J3R3 2-1623696-5 130
CRG2512J3R9 2-1623696-6 130
CRG2512J470K 2-1623696-7 130
CRG2512J470R 2-1623696-8 130
CRG2512J47R 2-1623696-9 130
CRG2512J4R7 3-1623696-0 130
CRG2512J560R 3-1623696-1 130
CRG2512J56R 3-1623696-9 130
CRG2512J5R6 3-1623696-2 130
CRG2512J62R 3-1623696-3 130
CRG2512J82R 3-1623696-4 130
CRG2512J8R2 3-1623696-5 130
CRG2512ZR 4-1623696-0 130
CRL1220SR10FTD 2-1622821-8 33
CRL1220SR22FTD 3-1622821-1 33
CRL1220SR47FTD 3-1622821-3 33
CRL1220SR68FTD 3-1622821-2 33
CRL1220T1R0FTD 2-1622821-7 33
CRL1220T1R0JTD 5-1622821-0 33
CRL1220T1R2JTD 5-1622821-1 33
CRL1220T1R5JTD 5-1622821-2 33
CRL1220T1R8JTD 5-1622821-3 33
CRL1220T2R2JTD 5-1622821-4 33
CRL1220T2R7JTD 5-1622821-5 33
CRL1220T3R3JTD 5-1622821-6 33
CRL1220T3R9JTD 5-1622821-7 33
CRL1220T4R7JTD 5-1622821-8 33
CRL1220T5R6JTD 5-1622821-9 33
CRL1220T6R8JTD 6-1622821-0 33
CRL1220T8R2JTD 6-1622821-1 33
CRL1220TR022JTD 6-1622821-2 33
CRL1220TR033FTD 3-1622821-0 33
CRL1220TR033JTD 6-1622821-3 33
CRL1220TR047FTD 1-1622821-5 33
CRL1220TR047JTD 6-1622821-4 33
CRL1220TR068FTD 2-1622821-9 33
CRL1220TR068JTD 6-1622821-5 33
CRL1220TR075JTD 6-1622821-6 33
CRL1220TR10JTD 6-1622821-7 33
CRL1220TR15FTD 2-1622821-6 33
CRL1220TR15JTD 6-1622821-8 33
CRL1220TR22JTD 6-1622821-9 33
CRL1220TR33JTD 7-1622821-0 33
CRL1220TR47JTD 7-1622821-1 33
CRL1220TR68JTD 7-1622821-2 33
CRL1220TR82JTD 7-1622821-3 33
CS9ASS20A103N 1625850-3 220
CT26-6A 1625846-1 244
CT27-1/4 1625846-2 244
CT46-6A 1625846-3 244
CT50-6AH 1625846-4 244
CT56-1/4 1625846-5 244
CT57-6A 1625846-6 244
CT6H102N 1623891-1 192

* Please contact your Sales Representative for parts not listed
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CT6H103N 1623891-9 192
CT6H104N 1623891-2 192
CT6H105N 1623891-8 192
CT6H202N 1-1623891-0 192
CT6H203N 1-1623891-1 192
CT6H204N 1-1623891-2 192
CT6H501N 1-1623891-3 192
CT6H502N 1-1623891-4 192
CT6H503N 1-1623891-5 192
CT6H504N 1-1623891-6 192
CT6V102N 1-1623891-7 192
CT6V103N 1623891-3 192
CT6V104N 1623891-4 192
CT6V105N 1-1623891-8 192
CT6V202N 1-1623891-9 192
CT6V203N 1623891-5 192
CT6V204N 2-1623891-0 192
CT6V501N 1623891-6 192
CT6V502N 1623891-7 192
CT6V503N 2-1623891-1 192
CT6V504N 2-1623891-2 192
ER16100RJL 2-1623748-6 58
ER1610RJL 1623748-1 58
ER16150RGL 1623748-2 58
ER16200RJL 1623748-4 58
ER1622KGL 1623748-5 58
ER1622KJL 1623748-6 58
ER1627KGL 1623748-7 58
ER16330RJL 1623748-8 58
ER1639KGL 1623748-9 58
ER16470RJL 2-1623748-7 58
ER1647KJL 1-1623748-0 58
ER1647RJL 1-1623748-1 58
ER1656KGL 1-1623748-2 58
ER1656KJL 1-1623748-3 58
ER165K6JL 2-1623748-3 58
ER1666KJL 1-1623748-4 58
ER16680RJL 1-1623748-5 58
ER167R5JL 1-1623748-6 58
ER168K2GL 1-1623748-7 58
ER16R13JL 1-1623748-8 58
ER16R15JL 2-1623748-1 58
ER16R20JL 1-1623748-9 58
ER16R22JL 2-1623748-2 58
ER16R47JL 2-1623748-4 58
ER16R56KL 2-1623748-0 58
ER17100KJL 2-1623749-0 58
ER17100RJL 2-1623749-1 58
ER1710RJL 1623749-1 58
ER1713KJL 1623749-2 58
ER1715RJL 1623749-3 58
ER1716RJL 1623749-4 58
ER1718RJL 2-1623749-4 58
ER171R0JL 1623749-5 58
ER1722KJL 1623749-6 58
ER1722RJL 1623749-7 58
ER1724RJL 1623749-8 58
ER1727KJL 1623749-9 58
ER1727RJL 1-1623749-0 58
ER172K2JL 1-1623749-1 58
ER1733KJL 1-1623749-2 58
ER1733RJL 2-1623749-5 58
ER1736RJL 2-1623749-2 58
ER1739KJL 1-1623749-3 58
ER1739RJL 2-1623749-3 58
ER173R3JL 1-1623749-4 58
ER17470RJL 1-1623749-5 58
ER1747KJL 1-1623749-6 58
ER174K3JL 1-1623749-7 58
ER1750RJL 1-1623749-8 58
ER1768KJL 1-1623749-9 58
ER1B400KCC 1630973-1 21
ER1B800KCC 1630973-2 21
ER58100RJT 1623750-1 58
ER5810KJT 1623750-2 58
ER5810RJT 1623750-3 58
ER58120RJT 1623750-4 58
ER58150RJT 1623750-5 58
ER5815KJT 1623750-6 58
ER5815RJT 1623750-7 58
ER58180RJT 1623750-8 58
ER581K0JT 1623750-9 58
ER581K8JT 1-1623750-0 58
ER581R0JT 1-1623750-1 58
ER581R8JT 5-1623750-8 58
ER5820KDT 1-1623750-2 58
ER5820KJT 1-1623750-3 58
ER58220RJT 1-1623750-4 58
ER5822RJT 1-1623750-5 58
ER5824RJT 1-1623750-6 58
ER58270RJT 1-1623750-7 58
ER582K2JT 1-1623750-8 58

ER582R2JT 1-1623750-9 58
ER58300RJT 5-1623750-7 58
ER5833RJT 2-1623750-0 58
ER583R3JT 2-1623750-2 58
ER583R9JT 2-1623750-3 58
ER58470RJT 2-1623750-4 58
ER5847RJT 2-1623750-5 58
ER584K7JT 2-1623750-6 58
ER584R7JT 2-1623750-7 58
ER58560RJT 2-1623750-8 58
ER5856RJT 2-1623750-9 58
ER585R6JT 3-1623750-0 58
ER58680RJT 3-1623750-1 58
ER5868RJT 3-1623750-2 58
ER586K8JT 3-1623750-3 58
ER586R8JT 3-1623750-4 58
ER587R5JT 3-1623750-5 58
ER5882RJT 3-1623750-6 58
ER588R2DT 3-1623750-7 58
ER588R2JT 3-1623750-8 58
ER58R03KT 3-1623750-9 58
ER58R05JT 4-1623750-0 58
ER58R07KT 4-1623750-1 58
ER58R10FT 4-1623750-2 58
ER58R10JT 4-1623750-3 58
ER58R10KT 5-1623750-3 58
ER58R11JT 4-1623750-4 58
ER58R15JT 4-1623750-5 58
ER58R18JT 4-1623750-6 58
ER58R22JT 4-1623750-7 58
ER58R22KT 5-1623750-4 58
ER58R33JT 4-1623750-8 58
ER58R47JT 4-1623750-9 58
ER58R50JT 5-1623750-0 58
ER58R68JT 5-1623750-1 58
ER58R68KT 5-1623750-6 58
ER662R7JT 1623751-1 58
ER74100RJT 1623746-1 58
ER7410KJT 1623746-2 58
ER7410RJT 1623746-3 58
ER74120RJT 1623746-4 58
ER7412RJT 1623746-5 58
ER74150RJT 1623746-6 58
ER7415RJT 1623746-7 58
ER74160RJT 1623746-8 58
ER74180RJT 1623746-9 58
ER7418RJT 1623747-9 58
ER741K0JT 1-1623746-0 58
ER741K2JT 1-1623746-1 58
ER741K5JT 1-1623746-2 58
ER741K8JT 1-1623747-0 58
ER741R0JT 1-1623746-3 58
ER741R2JT 1-1623746-4 58
ER741R5JT 1-1623746-5 58
ER741R8JT 1-1623746-6 58
ER74200RJT 9-1623746-4 58
ER74220RFT 1-1623747-2 58
ER74220RJT 1-1623746-7 58
ER7422RJT 1-1623746-8 58
ER74240RJT 1-1623746-9 58
ER74270RJT 2-1623746-0 58
ER7427RJT 2-1623746-1 58
ER742K2JT 2-1623746-2 58
ER742K7JT 2-1623746-3 58
ER742R0JT 2-1623746-4 58
ER742R2FT 1-1623747-3 58
ER742R2JT 2-1623746-5 58
ER742R7JT 2-1623746-6 58
ER74330RJT 2-1623746-7 58
ER7433RJT 2-1623746-8 58
ER74390RJT 2-1623746-9 58
ER7439RJT 3-1623746-0 58
ER743K3JT 3-1623746-1 58
ER743K9JT 3-1623746-2 58
ER743R3JT 3-1623746-3 58
ER743R9FT 1879066-1 58
ER743R9JT 3-1623746-4 58
ER74470RJT 3-1623746-5 58
ER7447RJT 3-1623746-6 58
ER744K7JT 3-1623746-7 58
ER744R7JT 3-1623746-8 58
ER74510RJT 3-1623746-9 58
ER7451RJT 4-1623746-0 58
ER74560RJT 4-1623746-1 58
ER7456RJT 4-1623746-2 58
ER745K6JT 4-1623746-3 58
ER745R0JT 4-1623746-4 58
ER745R6JT 4-1623746-5 58
ER74680RJT 4-1623746-6 58
ER7468RJT 4-1623746-7 58
ER746K8JT 4-1623746-8 58
ER746R8JT 4-1623746-9 58

ER74820RJT 5-1623746-0 58
ER7482RJT 5-1623746-1 58
ER748K2JT 5-1623746-2 58
ER748R2JT 5-1623746-3 58
ER74R015FT 5-1623746-4 58
ER74R018JT 5-1623746-5 58
ER74R01FT 5-1623746-6 58
ER74R01KT 5-1623746-7 58
ER74R024KT 5-1623746-8 58
ER74R02JT 5-1623746-9 58
ER74R033JT 6-1623746-0 58
ER74R03JT 6-1623746-2 58
ER74R03KT 6-1623746-3 58
ER74R047JT 6-1623746-4 58
ER74R047KT 6-1623746-6 58
ER74R051FT 9-1623746-9 58
ER74R05GT 6-1623746-7 58
ER74R05JT 6-1623746-8 58
ER74R05KT 6-1623746-9 58
ER74R068JT 7-1623746-0 58
ER74R082JT 7-1623746-1 58
ER74R10DT 9-1623746-6 58
ER74R10FT 7-1623746-2 58
ER74R10JT 7-1623746-3 58
ER74R10KT 7-1623746-4 58
ER74R12FT 7-1623746-5 58
ER74R12JT 7-1623746-6 58
ER74R13JT 7-1623746-7 58
ER74R15JT 7-1623746-8 58
ER74R16FT 9-1623746-5 58
ER74R18JT 7-1623746-9 58
ER74R22DP 9-1623746-8 58
ER74R22JT 8-1623746-0 58
ER74R22KT 8-1623746-1 58
ER74R25JT 8-1623746-2 58
ER74R27KT 8-1623746-3 58
ER74R33FT 8-1623746-4 58
ER74R33JT 8-1623746-5 58
ER74R33KT 8-1623746-6 58
ER74R47FT 8-1623746-7 58
ER74R47JT 8-1623746-8 58
ER74R47KT 8-1623746-9 58
ER74R50JT 9-1623746-0 58
ER74R56JT 9-1623746-1 58
ER74R68JT 9-1623746-2 58
ERV58120RJ6P 1623752-1 58
ERV5815RJ6P 1623752-2 58
ERV581K8J6P 1623752-3 58
ERV58220RJ6P 1623752-4 58
ERV58250RF6P 1-1623752-2 58
ERV58330RJ6P 1623752-6 58
ERV5833RJ6P 1623752-7 58
ERV58390RJ6P 1623752-8 58
ERV58470RJ6P 1623752-9 58
ERV58750RJ6P 1-1623752-0 58
ERV58R05J6P 1-1623752-1 58
ES2W100RJ 1624234-1 147
ES2W20RJ 1624234-2 147
ES2W33RJ 1624234-3 147
ES2W56RJ 1624234-4 147
ES3W100RJ 1624235-1 147
ES3W10RJ 1624235-3 147
ES3W150RJ 1624235-4 147
ES3W1R0J 1624235-5 147
ES3W220RJ 1624235-6 147
ES3W22RJ 1624235-7 147
ES3W270RJ 1624235-8 147
ES3W2R2J 1624235-9 147
ES3W33RJ 1-1624235-0 147
ES3W3R3J 1-1624235-1 147
ES3W47RJ 1-1624235-2 147
ES3W4R7J 1-1624235-3 147
ES3W56RJ 2-1624235-4 147
ES3W8R2J 1-1624235-4 147
ES3WR05G 2-1624235-1 147
ES3WR05J 1-1624235-5 147
ES3WR07J 1-1624235-6 147
ES3WR10J 1-1624235-7 147
ES3WR22J 1-1624235-8 147
ES3WR33J 1-1624235-9 147
ES3WR47J 2-1624235-0 147
ES3WR68J 2-1624235-2 147
ES5W150RJ 1624236-4 147
ES5W1R0J 1624236-1 147
ES5W47RJ 1624236-2 147
ES5W75RJ 1624236-3 147
ES6W1K0J 3-1624236-1 147
ES6W2R7J 3-1624236-2 147
FCA10270RJ 1623709-1 50
FCA105K6K 1623709-2 50
FCA210RJ 1623709-3 50
FCA2150RJ 1623709-4 50

FCA2180RJ 1623709-5 50
FCA21K0J 1623709-6 50
FCA21K5J 1623709-7 50
FCA21R0J 1623709-8 50
FCA21R2K 1623709-9 50
FCA2220RJ 1-1623709-0 50
FCA222RJ 1-1623709-1 50
FCA22K2J 1-1623709-2 50
FCA22K4J 1-1623709-3 50
FCA22K7J 1-1623709-4 50
FCA233RJ 1-1623709-5 50
FCA2390RJ 1-1623709-6 50
FCA2470RJ 1-1623709-7 50
FCA247RJ 1-1623709-8 50
FCA24K7J 1-1623709-9 50
FCA2560RJ 2-1623709-0 50
FCA282RJ 2-1623709-1 50
FCA2R36K 2-1623709-2 50
FCA4100RJ 2-1623709-3 50
FCA410RJ 2-1623709-4 50
FCA412RJ 2-1623709-5 50
FCA4150RK 2-1623709-6 50
FCA415RJ 2-1623709-7 50
FCA415RK 2-1623709-8 50
FCA41K0K 2-1623709-9 50
FCA41K2J 4-1623709-8 50
FCA41R0J 3-1623709-0 50
FCA4220RJ 3-1623709-1 50
FCA422RJ 3-1623709-2 50
FCA4270RJ 3-1623709-3 50
FCA42R2K 3-1623709-4 50
FCA4330RJ 3-1623709-6 50
FCA433RJ 3-1623709-7 50
FCA4390RJ 4-1623709-7 50
FCA43K3J 4-1623709-9 50
FCA4470RJ 3-1623709-8 50
FCA447RJ 3-1623709-9 50
FCA45R6J 4-1623709-0 50
FCA46K8J 4-1623709-6 50
FCA46R8J 4-1623709-1 50
FCA48R2J 4-1623709-2 50
FCA4R22J 4-1623709-3 50
FCA4R47J 4-1623709-4 50
FCA4R47K 4-1623709-5 50
FCA610RJ 1623710-1 50
FCA610RK 1623710-2 50
FCA615RJ 1623710-3 50
FCA618RJ 1623710-4 50
FCA61K0K 1623710-5 50
FCA61R0J 1623710-6 50
FCA620KJ 1623710-7 50
FCA622RJ 1623710-8 50
FCA6270RJ 1623710-9 50
FCA63K9J 1-1623710-0 50
FCA647RJ 1-1623710-1 50
FCA6560RK 1-1623710-2 50
FCA68K2J 1-1623710-3 50
FCA8100RJ 1623711-1 50
FCA81K0K 1623711-2 50
FCA82K7K 1623711-3 50
FCA82R2J 1623711-4 50
FCA82R7J 1623711-5 50
FCA833RK 1623711-6 50
FCA85R6J 1623711-9 50
FCA8680RJ 1623711-7 50
FCA868RJ 1623711-8 50
FCB1015RK 1623712-1 50
FCB101K0J 1623712-2 50
FCB101K2K 1623712-3 50
FCB1022RK 1623712-4 50
FCB10270RK 1623712-5 50
FCB1027KJ 1-1623712-4 50
FCB102K2K 1623712-6 50
FCB102R2K 1623712-7 50
FCB1030RJ 1623712-8 50
FCB10390RK 1623712-9 50
FCB1047RK 1-1623712-0 50
FCB105K6J 1-1623712-1 50
FCB105R6K 1-1623712-2 50
FCB10820RK 1-1623712-3 50
FCB2100RJ 1623713-1 50
FCB210RJ 2-1623713-6 50
FCB2150RJ 2-1623713-7 50
FCB215RJ 1623713-2 50
FCB2180RJ 1623713-3 50
FCB2180RK 1623713-4 50
FCB21K0J 1623713-5 50
FCB21K0K 1623713-6 50
FCB21R0J 1623713-7 50
FCB21R0K 1623713-8 50
FCB2220RJ 2-1623713-8 50
FCB2220RK 1623713-9 50

* Please contact your Sales Representative for parts not listed
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FCB222RJ 1-1623713-0 50
FCB222RK 1-1623713-1 50
FCB22K2J 1-1623713-2 50
FCB22R2J 1-1623713-3 50
FCB22R2K 2-1623713-9 50
FCB2330RJ 1-1623713-4 50
FCB2330RK 1-1623713-5 50
FCB23R3J 2-1623713-5 50
FCB23R3K 3-1623713-0 50
FCB2470RK 1-1623713-6 50
FCB247RJ 1-1623713-7 50
FCB24R7J 1-1623713-8 50
FCB2R22J 1-1623713-9 50
FCB2R22K 3-1623713-1 50
FCB2R33J 2-1623713-0 50
FCB2R33K 2-1623713-1 50
FCB2R36J 2-1623713-2 50
FCB2R47J 2-1623713-3 50
FCB2R47K 2-1623713-4 50
FCB4100RJ 1623714-1 50
FCB410KJ 1623714-2 50
FCB410RJ 1623714-3 50
FCB4120RJ 1623714-4 50
FCB412RJ 1623714-5 50
FCB4150RJ 1623714-6 50
FCB415RJ 1623714-7 50
FCB418RJ 1623714-8 50
FCB41K0J 1623714-9 50
FCB41K5J 1-1623714-0 50
FCB41R0J 1-1623714-1 50
FCB41R0K 4-1623714-0 50
FCB4220RJ 1-1623714-2 50
FCB422RJ 1-1623714-3 50
FCB424RJ 1-1623714-4 50
FCB427RJ 5-1623714-0 50
FCB42K2J 1-1623714-5 50
FCB42K2K 1-1623714-6 50
FCB42R2J 1-1623714-7 50
FCB42R2K 4-1623714-1 50
FCB4330RJ 1-1623714-8 50
FCB4330RK 1-1623714-9 50
FCB433RJ 2-1623714-0 50
FCB4390RJ 2-1623714-1 50
FCB4390RK 2-1623714-2 50
FCB439RJ 4-1623714-9 50
FCB43K3J 2-1623714-3 50
FCB43K9J 4-1623714-7 50
FCB43R3J 2-1623714-4 50
FCB43R3K 4-1623714-2 50
FCB43R9J 4-1623714-8 50
FCB4470RJ 2-1623714-5 50
FCB447RJ 2-1623714-6 50
FCB44K7J 2-1623714-7 50
FCB44R7J 2-1623714-8 50
FCB4560RJ 2-1623714-9 50
FCB456RJ 3-1623714-0 50
FCB45K6J 3-1623714-1 50
FCB4680RJ 3-1623714-9 50
FCB468RJ 3-1623714-2 50
FCB46K8J 3-1623714-3 50
FCB46R8J 3-1623714-4 50
FCB4R10J 3-1623714-5 50
FCB4R33J 3-1623714-6 50
FCB4R33K 4-1623714-4 50
FCB4R47J 3-1623714-7 50
FCB4R47K 4-1623714-5 50
FCB4R68J 3-1623714-8 50
FCB4R68K 4-1623714-6 50
FCB610KJ 1623715-1 50
FCB6150RK 1623715-2 50
FCB61K0J 1623715-3 50
FCB61K2K 1623715-4 50
FCB61K5K 1623715-5 50
FCB6220RJ 1623715-6 50
FCB6220RK 1623715-7 50
FCB6270RK 1623715-8 50
FCB62K2K 1-1623715-5 50
FCB6330RK 1623715-9 50
FCB633KJ 1-1623715-4 50
FCB6470RJ 1-1623715-0 50
FCB647RK 1-1623715-1 50
FCB6560RJ 1-1623715-2 50
FCB6820RJ 1-1623715-3 50
FCB8100RJ 1623716-1 50
FCB815RK 1623716-2 50
FCB81K8J 1623716-3 50
FCB822KJ 1623716-6 50
FCB824KK 1623716-5 50
FCB85R6K 1623716-4 50
FKN3R15JT 1879053-1 126
FKN3R22JT 1879053-2 126
FKN3R47JT 1879053-3 126

FRN100SJ560R 1676058-1 124
FRN25J100R 1625878-1 124
FRN25J10R 1625878-2 124
FRN25J1K0 1625878-3 124
FRN25J1R0 1625878-4 124
FRN25J220R 1625878-5 124
FRN25J22R 1625878-7 124
FRN25J2R2 1625878-8 124
FRN25J33R 1-1625878-0 124
FRN25J470R 1-1625878-1 124
FRN25J47R 1-1625878-2 124
FRN25J4R7 1-1625878-3 124
FRN25JR22 1-1625878-4 124
FRN25JR47 1-1625878-5 124
FRN50J100R/S 1625879-1 124
FRN50J10R/S 1625879-2 124
FRN50J150R/S 1-1625879-4 124
FRN50J1K0/S 1625879-3 124
FRN50J1R0/S 1625879-4 124
FRN50J220R/S 1625879-5 124
FRN50J22R/S 1625879-6 124
FRN50J27R/S 1625879-7 124
FRN50J2K2/S 1-1625879-3 124
FRN50J2R2/S 1625879-8 124
FRN50J470R/S 1625879-9 124
FRN50J47R/S 1-1625879-1 124
FRN50J4R7/S 1-1625879-2 124
FRN50J750R/S 1-1625879-5 124
FRN50JR47/S 1-1625879-6 124
FSQ3120RJ 1630880-2 127
FSQ510RJ 1630880-1 127
FSQ5WR47J 1630880-4 127
FSQ768RJ 1630880-3 127
H210MBZBR 1613003-1 20
H210MFCAR 1613003-2 20
H210MFZBR 1613003-3 20
H24M53BZBR 1613079-1 20
H24M7CZBR 1-1613079-0 20
H24M7FCAR 1-1613079-1 20
H25M0FDBR 1613092-1 20
H25M1FZBR 1613093-1 20
H25M36BZBR 1613094-1 20
H25M6FZBR 1613095-1 20
H25M94BZBR 1613095-2 20
H28M2FZBR 1613117-1 20
H29M4FZAR 1613125-1 20
H4100KAYAR 1-1613127-1 17
H4100KBCBR 1613127-1 17
H4100KBDBR 1613127-2 17
H4100KBYBR 1613127-3 17
H4100KBZBR 1-1613127-2 17
H4100KDCBR 1613127-5 17
H4100KDZBR 1613127-6 17
H4100KFAAR 1613127-7 17
H4100KFCBR 1613127-8 17
H4100KFDBR 1613127-9 17
H4100KFYBR 1-1613127-0 17
H4100RBAAR 1613128-1 17
H4100RBBAR 1613128-2 17
H4100RBCBR 1613128-3 17
H4100RBDBR 1613128-4 17
H4100RBYBR 1613128-5 17
H4100RBZBR 1613128-6 17
H4100RDCBR 1613128-7 17
H4100RDYBR 1613128-8 17
H4100RDZBR 1613128-9 17
H4100RFCBR 1-1613128-0 17
H4100RFYBR 1-1613128-1 17
H4102RBZBR 2-1613128-0 17
H4103R89BZBR 1613129-1 17
H4105KFYBR 1613130-1 17
H4105RBCBR 1613131-1 17
H4107R78BZBR 1613132-1 17
H4107RFYBR 1613132-2 17
H410K2BZBR 1613133-1 17
H410KBAAR 1613134-1 17
H410KBCBR 1613134-2 17
H410KBDBR 1613134-3 17
H410KBYBR 1613134-4 17
H410KBZBR 1-1613134-5 17
H410KDAAR 1613134-5 17
H410KDCBR 1613134-6 17
H410KDDBR 1613134-7 17
H410KDYBR 1613134-8 17
H410KDZBR 1-1613134-0 17
H410KFCBR 1-1613134-1 17
H410KFDBR 1-1613134-2 17
H410KFYBR 1-1613134-3 17
H410RBCAR 1613135-1 17
H410RBDAR 1613135-2 17
H410RCCAR 1613135-3 17
H410RDCAR 1613135-4 17

H410RDZBR 1613135-5 17
H410RFCAR 1613135-6 17
H410RFDAR 1613135-8 17
H410RFYAR 1613135-9 17
H4110KBCBR 1613136-1 17
H4110KBYBR 1613136-2 17
H4110KBZBR 1613136-3 17
H4110KFCBR 1613136-4 17
H4110KFDBR 1613136-5 17
H4110RDCBR 1613137-1 17
H4110RDZBR 1613137-2 17
H4111R66BZBR 1613138-1 17
H4113RFYBR 1613138-2 17
H4115R54BZBR 1613139-1 17
H4118RFCBR 1613140-1 17
H4119R4BZBR 1613141-1 17
H411K1BZBR 1-1613141-0 17
H411K5DCBR 1613142-1 17
H411K8FYBR 1613142-2 17
H411KBDBR 1613143-1 17
H4120KDCBR 1613144-1 17
H4120KDZBR 1613144-2 17
H4120KFDBR 1613144-3 17
H4120RBDBR 1613145-3 17
H4120RDZBR 1613145-1 17
H4120RFCBR 1613145-2 17
H4121KFCBR 1613146-1 17
H4121KFDBR 1613146-2 17
H4121RBCBR 1613147-1 17
H4121RBYBR 1613147-6 17
H4121RDCBR 1613147-2 17
H4121RFCBR 1613147-3 17
H4121RFYBR 1613147-5 17
H4123R24BZBR 1613148-1 17
H4124RFCBR 1613149-1 17
H412K1FCBR 1613150-1 17
H412K4BZBR 1613152-1 17
H412K7BZBR 1-1613152-0 17
H412KBCBR 1613153-1 17
H412KDZBR 1613153-2 17
H412KFCBR 1613153-3 17
H412KFDBR 1613153-5 17
H412KFYBR 1613153-4 17
H412R5BCAR 1613154-1 17
H4130KBYBR 1613155-1 17
H4130KFDBR 1613155-2 17
H4130R89BZBR 1613156-1 17
H4130RBDBR 1613157-1 17
H4130RFCBR 1613157-2 17
H4133KFDBR 1613158-1 17
H4136KFYBR 1613159-1 17
H4138R5ABAR 1613160-1 17
H4138R5BZBR 1613160-2 17
H413K3BZBR 1613161-1 17
H413K3FDBR 1613161-3 17
H413K7FCBR 1613162-1 17
H413K7FDBR 1613162-2 17
H413KBCBR 1613163-1 17
H413KBZBR 1613161-2 17
H413KDZBR 1613163-4 17
H413KFCBR 1613163-2 17
H413KFDBR 1613163-3 17
H4140KBZBR 1613164-1 17
H4140KFCBR 1613164-2 17
H4140RFYBR 1613165-1 17
H414K3BDBR 1-1613165-0 17
H4150KBAAR 1613166-1 17
H4150KBDBR 1613166-2 17
H4150KBYBR 1613166-3 17
H4150KDZBR 1613166-6 17
H4150KFCBR 1613166-4 17
H4150KFDBR 1613166-5 17
H4150RBYBR 1613167-1 17
H4150RCDBR 1613167-2 17
H4150RDCBR 1613167-3 17
H4150RDZBR 1613167-4 17
H4150RFCBR 1613167-5 17
H4157R31BZBR 1613168-1 17
H415K4FCBR 1613169-1 17
H415K8BZBR 1613170-1 17
H415KBCBR 1613171-1 17
H415KBYBR 1613171-2 17
H415KDCBR 1613171-3 17
H415KDYBR 1613171-4 17
H415KDZBR 1613171-5 17
H415KFCBR 1613171-6 17
H415KFDBR 1613171-7 17
H415RDZAR 1613172-1 17
H415RFYAR 1613172-2 17
H4160RBZBR 1613173-4 17
H4162RBZBR 1613173-1 17
H4162RFCBR 1613173-2 17

H4162RFYBR 1613173-3 17
H4165RCDBR 1613174-2 17
H4165RFCBR 1613174-1 17
H4169KBZBR 1613175-1 17
H416K2BZBR 1613176-1 17
H416K5BCBR 1613177-1 17
H416KBZBR 1613178-4 17
H416KDCBR 1613178-2 17
H416KFCBR 1613178-1 17
H416KFDBR 1613178-3 17
H4175R84BZBR 1613179-1 17
H4175RFCBR 1613180-1 17
H417K8BZBR 1613181-1 17
H4180KBCBR 1613182-1 17
H4180KBYBR 1613182-2 17
H4180RDZBR 1613183-1 17
H4180RFYBR 1613183-2 17
H4182KBZBR 1613184-1 17
H4182RBCBR 1613185-1 17
H4182RFYBR 1613185-2 17
H4187KBZBR 1613186-1 17
H4187KFDBR 1613186-2 17
H418K12FCBR 1613187-2 17
H418K2BCBR 1613187-1 17
H418K7FDBR 1613187-3 17
H418KBYBR 1613188-1 17
H418KBZBR 1613188-7 17
H418KDCBR 1613188-2 17
H418KDZBR 1613188-3 17
H418KFCBR 1613188-4 17
H418KFDBR 1613188-5 17
H418KFYBR 1613188-6 17
H418R48BZBR 1613189-1 17
H418R7BCAR 1613190-1 17
H418RDCAR 1613191-1 17
H4190KBCBR 1613192-1 17
H4191KFDBR 1613192-2 17
H4194R07BZBR 1613193-1 17
H419K6BCBR 1613194-1 17
H419K6FCBR 1613194-2 17
H419R1FYAR 1613195-1 17
H41K02BDBR 1-1613198-9 17
H41K02BZBR 2-1613198-0 17
H41K02FCBR 1613196-1 17
H41K02FDBR 1613196-2 17
H41K05FYBR 1613197-1 17
H41K0BCBR 1613198-1 17
H41K0BDBR 1613198-2 17
H41K0BYBR 1613198-3 17
H41K0BZBR 1613198-4 17
H41K0DAAR 1-1613198-2 17
H41K0DCBR 1613198-5 17
H41K0DYBR 1613198-6 17
H41K0DZBR 1613198-7 17
H41K0FCBR 1613198-8 17
H41K0FDBR 1613198-9 17
H41K0FYBR 1-1613198-0 17
H41K1DCBR 1613199-1 17
H41K1FCBR 1613199-2 17
H41K21BYBR 1613200-4 17
H41K21DCBR 1613200-1 17
H41K21FCBR 1613200-2 17
H41K27BZBR 1-1613200-0 17
H41K2DCBR 1613201-1 17
H41K2DDBR 1613201-2 17
H41K2DZBR 1613201-5 17
H41K2FCBR 1613201-3 17
H41K2FDBR 1613201-4 17
H41K3BAAR 1613202-1 17
H41K3BZBR 1613202-2 17
H41K3DZBR 1613202-4 17
H41K3FCBR 1613202-5 17
H41K3FYBR 1613202-3 17
H41K4FCBR 1613203-1 17
H41K54BYBR 1613204-2 17
H41K54FYBR 1613204-1 17
H41K58BZBR 1613205-1 17
H41K5BCBR 1613206-1 17
H41K5BDBR 1613206-2 17
H41K5DCBR 1613206-3 17
H41K5DZBR 1613206-4 17
H41K5FCBR 1613206-5 17
H41K5FDBR 1613206-6 17
H41K62BZBR 1613207-1 17
H41K6BZBR 1613207-2 17
H41K74FCBR 1613208-1 17
H41K78BZBR 1-1613208-0 17
H41K82FYBR 1613209-1 17
H41K8DZBR 1613210-1 17
H41K8FCBR 1613210-2 17
H41K8FDBR 1613210-4 17
H41K91FYBR 1613211-1 17

* Please contact your Sales Representative for parts not listed
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H41K96FDBR 1613212-1 17
H41M02DCAR 1613213-1 17
H41M0BCBR 1613214-1 17
H41M0BDBR 1613214-2 17
H41M0BYBR 1613214-3 17
H41M0CCBR 1-1613214-0 17
H41M0DCBR 1613214-4 17
H41M0DDBR 1613214-5 17
H41M0DYBR 1613214-6 17
H41M0DZBR 1613214-7 17
H41M0FCBR 1613214-8 17
H41M216BCAR 1613215-1 17
H41M5DCAR 1613217-1 17
H41M5FCAR 1613217-2 17
H41M875BCAR 1613218-1 17
H41R0DCAR 1-1613218-0 17
H4200KBCBR 1613219-1 17
H4200KBYBR 1613219-2 17
H4200KBZBR 1613219-3 17
H4200KDCBR 1613219-4 17
H4200KDZBR 1613219-5 17
H4200KFDBR 1613219-7 17
H4200KFYBR 1613219-6 17
H4200RADBR 1613220-1 17
H4200RBYBR 1613220-2 17
H4200RBZBR 1613220-7 17
H4200RDCBR 1613220-3 17
H4200RDZBR 1613220-6 17
H4200RFCBR 1613220-4 17
H4200RFDBR 1613220-5 17
H420K5BZBR 1613221-1 17
H420K5FDBR 1613221-3 17
H420KBCBR 1613222-1 17
H420KBDBR 1613222-2 17
H420KBYBR 1613222-3 17
H420KBZBR 1-1613222-1 17
H420KDCBR 1613222-4 17
H420KDYBR 1613222-5 17
H420KDZBR 1613222-6 17
H420KFCBR 1613222-7 17
H420KFDBR 1613222-8 17
H420KFYBR 1613222-9 17
H420RBDAR 1613223-1 17
H420RFYAR 1613223-2 17
H4210KBZBR 1613224-1 17
H4210KFYBR 1613224-2 17
H4212R02BZBR 1613225-1 17
H421K5FDBR 1613225-5 17
H421KFDBR 1-1613225-1 17
H421KFYBR 1-1613225-0 17
H4220KBYBR 1613226-1 17
H4220KDZBR 1613226-2 17
H4220KFCBR 1613226-3 17
H4220KFDBR 1613226-4 17
H4220RBDBR 1613227-1 17
H4220RDZBR 1613227-2 17
H4220RFCBR 1613227-3 17
H4221KBZBR 1613228-1 17
H4221KFCBR 1613228-2 17
H4221RBCBR 1613229-1 17
H4221RDCBR 1613229-2 17
H4221RDYBR 1613229-3 17
H4221RFCBR 1613229-4 17
H4221RFYBR 1613229-5 17
H4226KBZBR 1613230-1 17
H422K1BCBR 1613231-1 17
H422K3BZBR 1613232-1 17
H422KBCBR 1613233-1 17
H422KBZBR 1613233-7 17
H422KDCBR 1613233-2 17
H422KDDBR 1613233-3 17
H422KDZBR 1613233-6 17
H422KFCBR 1613233-4 17
H422R1FCAR 1613234-1 17
H422R1FYAR 1613234-2 17
H422RDCAR 1613235-1 17
H422RFCAR 1613235-2 17
H4232KBZBR 1613236-1 17
H4237KBZBR 1613237-1 17
H4237KFDBR 1613237-2 17
H423K2FCBR 1613238-1 17
H4240KBAAR 1613239-1 17
H4240KDZBR 1613239-2 17
H4240KFCBR 1613239-3 17
H4240RDZBR 1613240-1 17
H4240RFCBR 1613240-2 17
H4243KBZBR 1613241-1 17
H4243RFYBR 1613241-2 17
H4244R5ADBR 1613242-1 17
H4247R04BZBR 1613243-1 17
H4249KBZBR 1613244-1 17
H4249KFAAR 1613244-2 17

H4249RBYBR 1613245-1 17
H4249RBZBR 1613245-2 17
H424K9FCBR 1613246-1 17
H424K9FYBR 1613246-2 17
H424KBCBR 1613247-1 17
H424KDZBR 1613247-2 17
H424KFCBR 1613247-3 17
H424KFDBR 1613247-4 17
H424RDCAR 1613248-1 17
H424RDZBR 1613248-2 17
H4250KBDBR 5-1613248-0 17
H4250RAYAR 1613249-1 17
H4250RBBAR 1613249-2 17
H4250RBCBR 1613249-3 17
H4250RBDBR 1613249-4 17
H4250RBYBR 1613249-5 17
H4255RBZBR 1613250-1 17
H425K5BZBR 1-1613250-0 17
H425KBCBR 1613251-1 17
H425RBCAR 1613252-1 17
H4261RBDBR 1613253-3 17
H4261RBYBR 1613253-1 17
H4261RFYBR 1613253-2 17
H426R1FCAR 1613253-4 17
H426R7FYAR 1613254-1 17
H4270KDZBR 1613255-1 17
H4270RADAR 1613256-1 17
H4270RBZBR 1613256-6 17
H4270RDCBR 1613256-2 17
H4270RDZBR 1613256-5 17
H4270RFCBR 1613256-3 17
H4270RFDBR 1613256-4 17
H4275RFCBR 1613257-1 17
H427K4BZBR 1613258-1 17
H427K4FDBR 1613258-2 17
H427KBZBR 1613259-4 17
H427KDCBR 1613259-1 17
H427KDZBR 1613259-2 17
H427KFCBR 1613259-3 17
H4280R9BZBR 1613260-1 17
H4280RFCBR 1613261-2 17
H4280RFYBR 1613261-1 17
H42K05FDBR 1-1613261-0 17
H42K0BCBR 1613262-1 17
H42K0BZBR 1613262-3 17
H42K0DCBR 1613262-4 17
H42K0DZBR 1613262-5 17
H42K0FCBR 1613262-6 17
H42K0FDBR 1613262-7 17
H42K0FYBR 1613262-8 17
H42K1BYBR 1613264-1 17
H42K21BCBR 1613265-1 17
H42K21BYBR 1613265-5 17
H42K21DCBR 1613265-2 17
H42K21FCBR 1613265-3 17
H42K21FYBR 1613265-4 17
H42K2CCBR 1613266-1 17
H42K2DAAR 1613266-2 17
H42K2DZBR 1613266-3 17
H42K2FCBR 1613266-4 17
H42K2FDBR 1613266-5 17
H42K32FYBR 1613267-1 17
H42K37FDBR 1613267-2 17
H42K4BCBR 1613268-1 17
H42K4BDBR 1613268-2 17
H42K4DZBR 1613268-3 17
H42K4FCBR 1613268-4 17
H42K55BZBR 1613269-1 17
H42K55FCBR 1613269-2 17
H42K5BYBR 1-1613269-0 17
H42K61FCBR 1613270-1 17
H42K61FYBR 1613270-2 17
H42K74BDBR 1613271-1 17
H42K7BZBR 1613272-4 17
H42K7DCBR 1613272-1 17
H42K7DZBR 1613272-2 17
H42K7FCBR 1613272-3 17
H42K85FCBR 1613273-2 17
H42K87FYBR 1613273-1 17
H42M0FCAR 1613274-1 17
H4300KFCBR 1613275-1 17
H4300RBYBR 1613276-1 17
H4300RDCBR 1613276-2 17
H4300RDZBR 1613276-3 17
H4300RFCBR 1613276-4 17
H4301KFCBR 1613277-1 17
H4301RFYBR 1613278-2 17
H430K1FYBR 1613279-1 17
H430KBDBR 1613280-1 17
H430KDZBR 1613280-2 17
H430KFCBR 1613280-3 17
H430KFDBR 1613280-4 17

H430R1DCAR 1613281-1 17
H430RDZBR 1613282-1 17
H430RFCAR 1613282-2 17
H4313R59BZBR 1613283-1 17
H4316RBZBR 1-1613283-0 17
H431K6BZBR 1613284-1 17
H432K4BZBR 1-1613284-0 17
H4330KDZBR 1613285-2 17
H4330KFYBR 1613285-1 17
H4330RBAAR 1613286-1 17
H4330RBZBR 1613286-5 17
H4330RDYBR 1613286-2 17
H4330RDZBR 1613286-4 17
H4330RFCBR 1613286-3 17
H4332RDCBR 1613287-1 17
H4332RFCBR 1613287-2 17
H433K2BDBR 1613288-1 17
H433K2BZBR 1613288-3 17
H433K2FCBR 1613288-2 17
H433KBCBR 1613289-1 17
H433KBYBR 1613289-2 17
H433KBZBR 1613289-7 17
H433KDCDR 1613289-3 17
H433KDZBR 1613289-4 17
H433KFCBR 1613289-5 17
H433KFDBR 1613289-6 17
H433R2DCAR 1613290-1 17
H433R2FYBR 1613290-2 17
H433RBYBR 1613291-1 17
H433RDCAR 1613291-2 17
H433RDZBR 1613291-3 17
H433RFCAR 1613291-4 17
H433RFDAR 1613291-5 17
H4345R13BZBR 1613292-1 17
H4348RFYBR 1613293-1 17
H434K8FYBR 1613294-1 17
H4360RDZBR 1613295-1 17
H436KDZBR 1613297-1 17
H4375R51BZBR 1613298-1 17
H437R5BCAR 1613299-1 17
H4390KBCBR 1-1613299-0 17
H4390KDCBR 1613299-2 17
H4390KFYBR 1-1613299-1 17
H4390RBZBR 1613300-1 17
H4390RDZBR 1613300-2 17
H4392KBCBR 1613301-1 17
H4392RBCBR 1613302-1 17
H4392RDCBR 1613302-2 17
H4392RFCBR 1613302-3 17
H439K2BZBR 1613303-1 17
H439K2DCBR 1613303-2 17
H439KBAAR 1613304-1 17
H439KBZBR 1613304-3 17
H439KDZBR 1613304-2 17
H43K01BYBR 1613305-1 17
H43K01FCBR 1613305-2 17
H43K01FDBR 1613305-3 17
H43K01FYBR 1613305-4 17
H43K09FYBR 1613306-1 17
H43K0BCBR 1613307-1 17
H43K0BDBR 1613307-2 17
H43K0DZBR 1613307-4 17
H43K0FCBR 1613307-3 17
H43K16BZBR 1613308-1 17
H43K24BZBR 1-1613308-0 17
H43K32DCBR 1613309-1 17
H43K32FCBR 1613309-2 17
H43K32FDBR 1613309-3 17
H43K32FYBR 1613309-4 17
H43K3BYBR 1613310-1 17
H43K3BZBR 1613310-7 17
H43K3DZBR 1613310-2 17
H43K3FCBR 1613310-3 17
H43K3FDBR 1613310-4 17
H43K48FDBR 1613310-9 17
H43K4BYBR 1613310-6 17
H43K4FYBR 1613310-5 17
H43K57FDBR 1613311-2 17
H43K57FYBR 1613311-1 17
H43K6BCBR 1613312-1 17
H43K6BDBR 1613312-2 17
H43K6DZBR 1613312-3 17
H43K83BYBR 1613313-2 17
H43K83FYBR 1613313-1 17
H43K92FDBR 1613314-1 17
H43K9BCBR 1613315-1 17
H43K9BYBR 1613315-2 17
H43K9DZBR 1613315-3 17
H43K9FCBR 1613315-4 17
H43M0DCAR 1613316-1 17
H43M3DCAR 1613317-1 17
H4400RBYBR 1613319-1 17

H4402KAYAR 1613320-1 17
H4402KBYAR 1613320-2 17
H4402RFCBR 1613321-1 17
H440K2FDBR 1613322-3 17
H440KBCBR 1613322-1 17
H440KFDBR 1613322-2 17
H440R2FYAR 1613323-1 17
H4412RBZBR 1613324-1 17
H4430RBZBR 1613325-3 17
H4430RDZBR 1613325-1 17
H4430RFCBR 1613325-2 17
H443KBCBR 1613326-1 17
H443KBYBR 1613326-2 17
H443KDZBR 1613326-4 17
H443KFCBR 1613326-3 17
H443RDZBR 2-1613326-0 17
H4442KBCBR 1613327-1 17
H4447KBYBR 1613327-2 17
H4450KBDBR 1613328-1 17
H445K3FYBR 1613328-2 17
H446R4FYBR 1613329-1 17
H4470KDCBR 1613330-1 17
H4470KDZBR 1613330-2 17
H4470KFCBR 1613330-3 17
H4470KFYBR 1613330-4 17
H4470RDCBR 1613331-1 17
H4470RDZBR 1613331-2 17
H4470RFCBR 1613331-3 17
H4470RFYBR 1613331-5 17
H4475KBCBR 1613332-1 17
H4475RDCBR 1613333-1 17
H4475RFCBR 1613333-2 17
H447KBCBR 1613334-1 17
H447KBYBR 1613334-2 17
H447KDCBR 1613334-3 17
H447KDYBR 1613334-4 17
H447KDZBR 1613334-5 17
H447KFCBR 1613334-6 17
H447R5BCBR 1613335-1 17
H447R5DCAR 1613335-2 17
H447R5FCAR 1613335-3 17
H447RBYAR 1613336-1 17
H447RDZBR 1613336-2 17
H4499KFCBR 1613337-1 17
H4499RDAAR 1613338-1 17
H4499RDYBR 1613338-2 17
H449K9BZBR 1613339-1 17
H449K9FCBR 1613339-2 17
H449R9BZBR 1-1613329-0 17
H449R9FCBR 1613340-1 17
H44K02BYBR 1613341-1 17
H44K02FCBR 1613341-2 17
H44K0AYAR 1-1613341-0 17
H44K0FDBR 1-1613341-1 17
H44K12BCBR 1613342-3 17
H44K12BYBR 1613342-4 17
H44K12BZBR 1613342-2 17
H44K12FYBR 1613342-1 17
H44K3BCBR 1613343-1 17
H44K3BZBR 1613343-3 17
H44K3DZBR 1613343-2 17
H44K42FYBR 1613344-1 17
H44K43BZBR 1613345-1 17
H44K53FDBR 1613346-1 17
H44K64BYBR 1613347-1 17
H44K64FDBR 1613347-3 17
H44K64FYBR 1613347-2 17
H44K75BCBR 1613348-1 17
H44K75DCBR 1613348-2 17
H44K75FCBR 1613348-3 17
H44K7BDBR 1613349-1 17
H44K7BYBR 1613349-2 17
H44K7DCBR 1613349-3 17
H44K7DZBR 1613349-4 17
H44K7FCBR 1613349-5 17
H44K87FYBR 1613350-1 17
H44K99BYBR 1613351-1 17
H44K99BZBR 1613351-3 17
H44K99FDBR 1613351-2 17
H4500KBDBR 1613352-1 17
H4500KBYBR 1613352-2 17
H4500RAYAR 1613353-1 17
H4500RBYBR 1613353-2 17
H4502R5DYAR 1613353-3 17
H450KBDBR 1613354-1 17
H450KBYBR 1613354-3 17
H450RBYBR 1613355-1 17
H450RBZBR 1613355-2 17
H4510RBZBR 1613356-3 17
H4510RDZBR 1613356-1 17
H4510RFCBR 1613356-2 17
H4511RBZBR 1613357-1 17

* Please contact your Sales Representative for parts not listed
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H451K1BZBR 1-1613357-0 17
H451KBCBR 1613358-1 17
H451KBZBR 1613358-3 17
H451KDZBR 1613358-2 17
H451RDCBR 1613359-1 17
H4536RFCBR 1613360-1 17
H4536RFYBR 1613360-2 17
H453R6FYBR 1613361-1 17
H4560RDYBR 1613363-1 17
H4560RDZBR 1613363-2 17
H4560RFCBR 1613363-3 17
H4562KFYBR 1613363-4 17
H456K2FCBR 1613364-1 17
H456KBCBR 1613365-1 17
H456KDZBR 1613365-2 17
H456R2DCBR 1613366-1 17
H4576RFCBR 1613367-1 17
H457KCCBR 1613368-1 17
H4580RFCBR 1613369-1 17
H458KFDBR 1-1613369-2 17
H459K04FCBR 1-1613369-0 17
H459K05DYBR 1-1613369-1 17
H45K0BAAR 1613370-1 17
H45K0BDBR 1613370-2 17
H45K0BYBR 1613370-3 17
H45K0FDBR 1613370-4 17
H45K11BZBR 1613371-4 17
H45K11DCBR 1613371-1 17
H45K11FCBR 1613371-2 17
H45K11FYBR 1613371-3 17
H45K1BCBR 1613372-1 17
H45K1BZBR 1613372-7 17
H45K1DCBR 1613372-2 17
H45K1DZBR 1613372-3 17
H45K1FCBR 1613372-4 17
H45K1FDBR 1613372-5 17
H45K23BYBR 1613373-1 17
H45K23FDBR 1613373-2 17
H45K36BYBR 1613374-1 17
H45K36FYBR 1613374-2 17
H45K62BCBR 1613375-1 17
H45K62DCBR 1613375-4 17
H45K62FCBR 1613375-2 17
H45K62FDBR 1613375-3 17
H45K6DCBR 1613376-1 17
H45K6DCDR 1613376-2 17
H45K6DZBR 1613376-3 17
H45K6FDBR 1613376-4 17
H45K95BDBR 1-1613377-0 17
H45K9BYBR 1613377-1 17
H45K9FYBR 1613377-2 17
H45R0FCAR 1613378-1 17
H45R1DZAR 1-1613378-0 17
H4604RFCBR 1613379-1 17
H460K4FYBR 1613380-2 17
H460R24BZBR 1613380-1 17
H460R4FYBR 1613381-2 17
H461K9BCBR 1613384-1 17
H461R9DCBR 1613385-1 17
H4620RDZBR 1613386-1 17
H4620RFCBR 1613386-2 17
H462KDZBR 1613387-1 17
H462KFCBR 1613387-2 17
H462RBYAR 1613388-1 17
H462RDZBR 1613388-2 17
H462RFCBR 1613388-3 17
H4634RBZBR 1-1613388-0 17
H463K4BZBR 1613389-1 17
H4649RBZBR 1-1613390-0 17
H464K9FYBR 1613391-1 17
H464R9DCBR 1613392-1 17
H466R5FYBR 1613393-1 17
H4680RDZBR 1613394-1 17
H4680RFCBR 1613394-2 17
H4681KFCBR 1613395-1 17
H468K1BZBR 1613395-9 17
H468K1FCBR 1613395-8 17
H468K2BZBR 1-1613395-0 17
H468KBZBR 1613396-1 17
H468KDZBR 1613396-2 17
H468R1FCAR 1613397-1 17
H468RBYBR 1613398-1 17
H468RFCBR 1613398-2 17
H469K8FYBR 1613399-1 17
H46K04BYBR 1613400-2 17
H46K04DCBR 1613400-1 17
H46K19BYBR 5-1613400-0 17
H46K2DZBR 1613401-1 17
H46K34BZBR 1613402-1 17
H46K34FYBR 1613402-2 17
H46K49BZBR 1613403-1 17
H46K81BCBR 1613404-1 17

H46K81FCBR 1613404-2 17
H46K8BCBR 1613405-1 17
H46K8BYBR 1613405-2 17
H46K8DZBR 1613405-3 17
H46K8FCBR 1613405-4 17
H46K8FDBR 1613405-5 17
H46K8FYBR 1613405-7 17
H46K98BYBR 1613406-1 17
H46K98BZBR 1613406-3 17
H46K98FYBR 1613406-2 17
H46R19BCAR 1613407-1 17
H471K7FCBR 1613408-3 17
H4732RBYBR 1613408-2 17
H473R2FYBR 1613408-1 17
H4750KFYBR 1613409-1 17
H4750RBCBR 1613410-1 17
H4750RDZBR 1613410-2 17
H4750RFCBR 1613410-3 17
H475KBZBR 1613411-3 17
H475KDZBR 1613411-4 17
H475KFYBR 1613411-1 17
H475RBZBR 1613412-1 17
H475RDCBR 1613412-2 17
H475RDZBR 1613412-3 17
H4787RBZBR 1613413-1 17
H478K7FYBR 1613414-1 17
H47K5DZBR 1613415-3 17
H47K5FDBR 1613415-1 17
H47K5FYBR 1613415-2 17
H47K87BZBR 1613416-1 17
H4806RFYBR 1613417-1 17
H480K6BZBR 1613418-2 17
H480K6FYBR 1613418-1 17
H480R3BZBR 1613419-1 17
H480R6BYBR 1613419-2 17
H480R6FYBR 1613419-3 17
H4820KDZBR 1613420-1 17
H4820RBCBR 1613421-1 17
H4820RBYBR 1613421-5 17
H4820RBZBR 1613421-6 17
H4820RDZBR 1613421-2 17
H4820RFCBR 1613421-3 17
H4820RFDBR 1613421-4 17
H4825KFCBR 1613422-1 17
H4825RBZBR 1613423-1 17
H4825RDCBR 1613423-2 17
H482K5BZBR 1613424-1 17
H482KBZBR 1613425-3 17
H482KDZBR 1613425-1 17
H482KFCBR 1613425-2 17
H482R1FCBR 1613426-1 17
H482RDZBR 1613427-1 17
H482RFCBR 1613427-2 17
H484K5BZBR 1-1613427-0 17
H486K6BZBR 2-1613427-0 17
H486R6FYBR 1613428-1 17
H488K7BYBR 1613429-1 17
H488K7BZBR 1613429-2 17
H48K06BYBR 1613430-1 17
H48K0FDBR 1-1613430-0 17
H48K21DCBR 1613431-1 17
H48K25BZBR 1613432-3 17
H48K25FCBR 1613432-1 17
H48K25FDBR 1613432-2 17
H48K2BZBR 1613433-3 17
H48K2DCBR 1613433-1 17
H48K2DZBR 1613433-2 17
H48K66FCBR 1613434-1 17
H4900KBDBR 1613435-2 17
H4900KCDBR 1613435-1 17
H4900RBCBR 1613436-1 17
H4900RBDBR 1613436-2 17
H490K9BZBR 1-1613436-0 17
H490KFDBR 2-1613436-0 17
H490R9DCBR 1613437-1 17
H4910RBCBR 1613438-1 17
H4910RDZBR 1613438-2 17
H4910RFCBR 1613438-3 17
H491KDZBR 1613439-1 17
H491RDZBR 1-1613439-0 17
H492R15BZBR 1613440-1 17
H4931RFYBR 1613441-1 17
H493K1BCBR 1613442-3 17
H493K1BYBR 1613442-4 17
H493K1BZBR 1613442-2 17
H493K1FYBR 1613442-1 17
H493R1BYBR 1613443-2 17
H493R1FYBR 1613443-1 17
H4953RBYBR 1613444-1 17
H495K3BZBR 1-1613444-0 17
H496R09BZBR 1613445-1 17
H4976KFCBR 1613446-1 17

H4976RBYBR 1613446-5 17
H497K6BZBR 1-1613446-0 17
H4990KBCBR 1613447-2 17
H4990KDCBR 1613447-1 17
H49K09BZBR 1613448-2 17
H49K09FYBR 1613448-1 17
H49K0BDBR 1613449-1 17
H49K1DZBR 1613450-1 17
H49K1FCBR 1613450-2 17
H49K9BDBR 1613451-1 17
H49R53BCAR 1613452-1 17
H4N50RFZAR 1613453-1 17
H4P100KDCAR 7-1676845-4 17
H4P100KDZAR 3-1630477-6 17
H4P100KFCAR 1676845-1 17
H4P100KFZAR 2-1613454-0 17
H4P100RBBAR 6-1630477-4 17
H4P100RBYAR 6-1630477-9 17
H4P100RDCAR 7-1676845-5 17
H4P100RDZAR 8-1676845-4 17
H4P100RFCAR 1-1613454-1 17
H4P100RFZAR 2-1613454-1 17
H4P10KDCAR 8-1630477-1 17
H4P10KDZAR 8-1676845-5 17
H4P10KFCAR 1613454-4 17
H4P10KFZAR 2-1613454-2 17
H4P10RDCAR 8-1630477-2 17
H4P10RDZAR 3-1630477-7 17
H4P10RFCAR 1-1613454-5 17
H4P10RFZAR 2-1613454-3 17
H4P110RBYAR 5-1630477-3 17
H4P110RFCAR 8-1676845-2 17
H4P11K3FCAR 7-1630477-3 17
H4P120KFCAR 7-1630477-4 17
H4P120KFZAR 2-1613454-4 17
H4P120RDCAR 8-1630477-3 17
H4P120RFCAR 1613454-2 17
H4P120RFZAR 2-1613454-5 17
H4P121RFCAR 1879032-1 17
H4P127RDAAR 5-1630477-2 17
H4P12K1FCAR 1879032-2 17
H4P12KDCAR 7-1676845-6 17
H4P12KFCAR 1676845-2 17
H4P12KFDAR 6-1630477-5 17
H4P12KFZAR 2-1613454-6 17
H4P12RFZAR 2-1613454-7 17
H4P130KFCAR 1879032-3 17
H4P130RBYAR 1613454-1 17
H4P130RDAAR 5-1630477-6 17
H4P130RFCAR 5-1630477-7 17
H4P133KFCAR 7-1630477-5 17
H4P133RFCAR 1676845-3 17
H4P13K3FCAR 1879032-4 17
H4P13KFCAR 1676845-4 17
H4P140RBYAR 5-1630477-4 17
H4P150KDZAR 3-1630477-8 17
H4P150KFCAR 2-1630477-4 17
H4P150KFZAR 2-1613454-8 17
H4P150RDCAR 8-1630477-4 17
H4P150RDZAR 3-1630477-9 17
H4P150RFCAR 2-1630477-5 17
H4P150RFZAR 2-1613454-9 17
H4P15KDZAR 4-1630477-0 17
H4P15KFCAR 1676845-5 17
H4P15KFZAR 3-1613454-0 17
H4P15RDZAR 4-1630477-1 17
H4P15RFZAR 3-1613454-1 17
H4P160KFCAR 1879032-5 17
H4P160RFCAR 1879032-6 17
H4P16KFCAR 1879032-7 17
H4P16RFCAR 1879032-8 17
H4P170KFCAR 1879032-9 17
H4P180KFCAR 7-1630477-6 17
H4P180KFDAR 8-1879032-3 17
H4P180KFZAR 3-1613454-2 17
H4P180RFCAR 1-1879032-0 17
H4P180RFDAR 6-1630477-7 17
H4P180RFZAR 3-1613454-3 17
H4P18KFCAR 1676845-6 17
H4P18KFZAR 3-1613454-4 17
H4P18RFCAR 1-1879032-1 17
H4P18RFZAR 3-1613454-5 17
H4P1K02BDAR 1-1613454-8 17
H4P1K0BYAR 3-1630477-4 17
H4P1K0DCAR 7-1676845-7 17
H4P1K0DZAR 4-1630477-2 17
H4P1K0FCAR 1613454-8 17
H4P1K0FZAR 3-1613454-6 17
H4P1K1FCAR 1-1879032-2 17
H4P1K1FZAR 3-1613454-7 17
H4P1K21FCAR 1-1879032-3 17
H4P1K2FCAR 1676845-7 17

H4P1K2FZAR 3-1613454-8 17
H4P1K3FCAR 1676845-8 17
H4P1K5DCAR 7-1676845-8 17
H4P1K5FCAR 1613454-7 17
H4P1K5FZAR 3-1613454-9 17
H4P1K6FCAR 6-1676845-5 17
H4P1K6FZAR 4-1613454-0 17
H4P1K8FCAR 7-1630477-7 17
H4P1K8FZAR 4-1613454-1 17
H4P1M001BDAR 7-1676845-0 17
H4P1M0DCAR 8-1630477-5 17
H4P1M0FCAR 1676845-9 17
H4P1M0FZAR 4-1613454-2 17
H4P1M25BCAR 7-1630477-1 17
H4P1M2FZAR 4-1613454-3 17
H4P1M5BCAR 5-1630477-8 17
H4P1M5FZAR 4-1613454-4 17
H4P1M8FCAR 7-1630477-8 17
H4P1M8FZAR 4-1613454-5 17
H4P1MODZAR 8-1676845-3 17
H4P200KFCAR 1-1879032-4 17
H4P200RDZAR 4-1630477-3 17
H4P200RFCAR 1-1676845-0 17
H4P200RFZAR 6-1630477-1 17
H4P20KFCAR 1-1676845-1 17
H4P20RFZAR 4-1613454-6 17
H4P220KDCAR 8-1879032-6 17
H4P220KFCAR 1-1676845-2 17
H4P220KFZAR 4-1613454-7 17
H4P220RFCAR 1-1613454-7 17
H4P220RFZAR 4-1613454-8 17
H4P221KFCAR 1-1879032-5 17
H4P221RFCAR 1-1676845-3 17
H4P22K1FCAR 1-1879032-6 17
H4P22KDCAR 8-1630477-6 17
H4P22KFCAR 8-1676845-0 17
H4P22KFZAR 4-1613454-9 17
H4P22R1FCAR 1-1879032-7 17
H4P22RFZAR 5-1613454-0 17
H4P240KFCAR 1-1879032-8 17
H4P240KFDAR 8-1879032-4 17
H4P240RFCAR 6-1676845-6 17
H4P249KFCAR 1-1879032-9 17
H4P249RFCAR 1-1676845-4 17
H4P24K9FCAR 2-1879032-0 17
H4P24KFCAR 2-1879032-1 17
H4P24KFZAR 5-1613454-1 17
H4P24R9FCAR 1-1676845-5 17
H4P250KFCAR 7-1630477-9 17
H4P25KFCAR 1-1676845-6 17
H4P25KFZAR 5-1613454-2 17
H4P261RBDAR 1-1613454-9 17
H4P270KDZAR 4-1630477-4 17
H4P270KFCAR 2-1879032-2 17
H4P270KFDAR 8-1879032-5 17
H4P270KFZAR 5-1613454-3 17
H4P270RFCAR 1-1676845-7 17
H4P270RFZAR 5-1613454-4 17
H4P27K4FCAR 2-1879032-3 17
H4P27KDZAR 4-1630477-5 17
H4P27KFCAR 1-1676845-8 17
H4P27KFZAR 5-1613454-5 17
H4P27RFZAR 5-1613454-6 17
H4P2K0FCAR 1-1676845-9 17
H4P2K21FCAR 2-1879032-4 17
H4P2K2DZAR 4-1630477-6 17
H4P2K2FCAR 1-1613454-6 17
H4P2K2FZAR 5-1613454-7 17
H4P2K43FCAR 2-1879032-5 17
H4P2K49FCAR 2-1879032-6 17
H4P2K4FZAR 5-1613454-8 17
H4P2K5FCAR 2-1676845-0 17
H4P2K74FCAR 7-1676845-1 17
H4P2K7FCAR 2-1676845-1 17
H4P2K7FZAR 5-1613454-9 17
H4P2M0BCAR 5-1630477-9 17
H4P2M0FZAR 7-1630477-2 17
H4P2M2FZAR 6-1613454-0 17
H4P2M7FZAR 6-1613454-1 17
H4P2R2FZAR 6-1613454-2 17
H4P2R7FZAR 6-1613454-3 17
H4P300KBDAR 6-1630477-8 17
H4P300KFCAR 2-1879032-7 17
H4P300RFCAR 6-1676845-7 17
H4P301RFCAR 2-1879032-8 17
H4P30K1FCAR 2-1879032-9 17
H4P30RFZAR 6-1613454-4 17
H4P316RFCAR 2-1676845-2 17
H4P330KFCAR 8-1630477-0 17
H4P330KFZAR 6-1613454-5 17
H4P330RFCAR 5-1630477-5 17
H4P330RFZAR 6-1613454-6 17

* Please contact your Sales Representative for parts not listed
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H4P33K2FCAR 3-1879032-0 17
H4P33KFCAR 1613454-3 17
H4P33KFZAR 6-1613454-7 17
H4P33R2FCAR 3-1879032-1 17
H4P33RFCAR 1-1613454-4 17
H4P33RFZAR 6-1613454-8 17
H4P34RFCAR 2-1676845-3 17
H4P360RFCAR 3-1879032-2 17
H4P36K5FCAR 3-1879032-3 17
H4P37R4FZAR 6-1613454-9 17
H4P390KFCAR 3-1879032-4 17
H4P390KFZAR 7-1613454-0 17
H4P390RFCAR 3-1630477-2 17
H4P390RFZAR 7-1613454-1 17
H4P39K2FCAR 3-1879032-5 17
H4P39KFCAR 2-1676845-4 17
H4P39KFZAR 7-1613454-2 17
H4P39RFCAR 3-1879032-6 17
H4P39RFZAR 7-1613454-3 17
H4P3K01FCAR 3-1879032-7 17
H4P3K0FCAR 2-1676845-5 17
H4P3K32FCAR 3-1879032-8 17
H4P3K3DCAR 8-1879032-7 17
H4P3K3FCAR 2-1676845-6 17
H4P3K3FDAR 6-1676845-9 17
H4P3K3FZAR 7-1613454-4 17
H4P3K65FCAR 3-1879032-9 17
H4P3K92FCAR 4-1879032-0 17
H4P3K9FCAR 1613454-6 17
H4P3K9FZAR 7-1613454-5 17
H4P3M0FZAR 7-1613454-6 17
H4P3M3FZAR 7-1613454-7 17
H4P3M9FZAR 7-1613454-8 17
H4P3R3FCAR 2-1630477-6 17
H4P402RFCAR 2-1676845-7 17
H4P40R2FCAR 7-1676845-2 17
H4P422RFCAR 4-1879032-1 17
H4P430RFCAR 2-1676845-8 17
H4P432RFCAR 4-1879032-2 17
H4P43KFCAR 2-1676845-9 17
H4P43R2FCAR 3-1676845-0 17
H4P464KFCAR 4-1879032-3 17
H4P470KDZAR 4-1630477-7 17
H4P470KFCAR 3-1676845-1 17
H4P470KFDAR 3-1630477-3 17
H4P470KFZAR 7-1613454-9 17
H4P470RFCAR 2-1630477-7 17
H4P470RFZAR 8-1613454-0 17
H4P475KFCAR 4-1879032-4 17
H4P475RFCAR 4-1879032-5 17
H4P47K5FCAR 4-1879032-6 17
H4P47KFCAR 3-1676845-2 17
H4P47KFZAR 8-1613454-1 17
H4P47R5FCAR 4-1879032-7 17
H4P47RFCAR 6-1676845-8 17
H4P47RFZAR 8-1613454-2 17
H4P499RFCAR 4-1879032-8 17
H4P49K9FZAR 6-1630477-2 17
H4P49R9FCAR 7-1676845-3 17
H4P4K32FCAR 4-1879032-9 17
H4P4K3FCAR 3-1676845-3 17
H4P4K75FCAR 5-1879032-0 17
H4P4K7DZAR 4-1630477-8 17
H4P4K7FCAR 1613454-5 17
H4P4K7FDAR 6-1630477-6 17
H4P4K7FZAR 8-1613454-3 17
H4P4R7FCAR 2-1630477-8 17
H4P500KFCAR 5-1879032-1 17
H4P500KFZAR 8-1613454-4 17
H4P500RFCAR 3-1676845-4 17
H4P50KFZAR 8-1613454-5 17
H4P50RFZAR 3-1630477-5 17
H4P510KFCAR 5-1879032-2 17
H4P510KFZAR 8-1613454-6 17
H4P510RFCAR 5-1879032-3 17
H4P510RFZAR 8-1613454-7 17
H4P51K1FCAR 5-1879032-4 17
H4P51KDZAR 4-1630477-9 17
H4P51KFCAR 3-1676845-5 17
H4P51KFZAR 8-1613454-8 17
H4P51R1FCAR 5-1879032-5 17
H4P51RFZAR 8-1613454-9 17
H4P530RFCAR 5-1879032-6 17
H4P560KFCAR 5-1879032-7 17
H4P560KFZAR 9-1613454-0 17
H4P560RFCAR 3-1676845-6 17
H4P560RFZAR 9-1613454-1 17
H4P562RFCAR 5-1879032-8 17
H4P56K2FCAR 5-1879032-9 17
H4P56KFCAR 3-1676845-7 17
H4P56KFZAR 9-1613454-2 17
H4P56RFCAR 8-1676845-1 17

H4P56RFZAR 9-1613454-3 17
H4P590RFCAR 6-1879032-0 17
H4P5K11FCAR 6-1879032-1 17
H4P5K1FCAR 3-1676845-8 17
H4P5K1FZAR 9-1613454-4 17
H4P5K6FCAR 3-1676845-9 17
H4P5K6FZAR 9-1613454-5 17
H4P5K9FCAR 4-1676845-0 17
H4P5R1DZAR 5-1630477-0 17
H4P5R1FZAR 9-1613454-6 17
H4P60KFCAR 6-1879032-2 17
H4P619RFCAR 6-1879032-3 17
H4P61K9FCAR 6-1879032-4 17
H4P620KFZAR 9-1613454-7 17
H4P620RFCAR 4-1676845-1 17
H4P620RFZAR 9-1613454-8 17
H4P62KFCAR 4-1676845-2 17
H4P62KFZAR 9-1613454-9 17
H4P62RFZAR 1630477-1 17
H4P680KBCAR 6-1630477-0 17
H4P680KFCAR 6-1879032-5 17
H4P680KFZAR 1630477-2 17
H4P680RDCAR 8-1879032-8 17
H4P680RFCAR 1-1613454-0 17
H4P680RFZAR 1630477-3 17
H4P681RFCAR 6-1879032-6 17
H4P68KDCAR 7-1676845-9 17
H4P68KFCAR 2-1630477-9 17
H4P68KFZAR 1630477-4 17
H4P68RFCAR 1-1613454-3 17
H4P68RFZAR 1630477-5 17
H4P6K04FCAR 6-1879032-7 17
H4P6K19FCAR 6-1879032-8 17
H4P6K2FCAR 4-1676845-3 17
H4P6K2FZAR 1630477-6 17
H4P6K81FCAR 6-1879032-9 17
H4P6K8FCAR 4-1676845-4 17
H4P6K8FZAR 1630477-7 17
H4P72KFCAR 7-1879032-0 17
H4P750KFCAR 4-1676845-5 17
H4P750KFZAR 1630477-8 17
H4P750RDCAR 8-1879032-9 17
H4P750RFCAR 4-1676845-6 17
H4P750RFZAR 1630477-9 17
H4P75KFCAR 4-1676845-7 17
H4P75KFZAR 1-1630477-0 17
H4P75RDCAR 9-1879032-0 17
H4P75RFCAR 6-1676845-4 17
H4P75RFZAR 1-1630477-1 17
H4P780RFCAR 7-1879032-1 17
H4P7K5FCAR 4-1676845-8 17
H4P7K5FZAR 1-1630477-2 17
H4P7K87FCAR 7-1879032-2 17
H4P7K8FCAR 4-1676845-9 17
H4P80K6FCAR 5-1676845-0 17
H4P820KFCAR 7-1879032-3 17
H4P820KFZAR 1-1630477-3 17
H4P820RFCAR 1613454-9 17
H4P820RFZAR 1-1630477-4 17
H4P825RFCAR 7-1879032-4 17
H4P82K5FCAR 8-1879032-2 17
H4P82KFCAR 3-1630477-0 17
H4P82KFZAR 1-1630477-5 17
H4P82RFCAR 1-1613454-2 17
H4P82RFZAR 1-1630477-6 17
H4P84K5FCAR 7-1879032-5 17
H4P85KFCAR 5-1676845-1 17
H4P86K6FCAR 5-1676845-2 17
H4P88K7BYAR 7-1630477-0 17
H4P8K25FCAR 7-1879032-6 17
H4P8K2FCAR 3-1630477-1 17
H4P8K2FDAR 5-1630477-1 17
H4P8K2FZAR 1-1630477-7 17
H4P8K87FCAR 7-1879032-7 17
H4P8K8FCAR 5-1676845-3 17
H4P8R25FZAR 1-1630477-8 17
H4P8R2FZAR 6-1630477-3 17
H4P909RFCAR 7-1879032-8 17
H4P90K9FCAR 7-1879032-9 17
H4P90R9FCAR 8-1879032-0 17
H4P910KFCAR 8-1879032-1 17
H4P910KFZAR 1-1630477-9 17
H4P910RFCAR 5-1676845-4 17
H4P910RFZAR 2-1630477-0 17
H4P91KFCAR 5-1676845-5 17
H4P91KFZAR 2-1630477-1 17
H4P91RFCAR 5-1676845-6 17
H4P91RFZAR 2-1630477-2 17
H4P93K1FCAR 5-1676845-7 17
H4P95K3FCAR 5-1676845-8 17
H4P97K6FCAR 5-1676845-9 17
H4P9K09FCAR 6-1676845-0 17

H4P9K1FZAR 2-1630477-3 17
H4P9K31FCAR 6-1676845-1 17
H4P9K53FCAR 6-1676845-2 17
H4P9K76FCAR 6-1676845-3 17
H8100KAYAR 1613470-1 17
H8100KBAAR 1613470-2 17
H8100KBBBR 1613470-3 17
H8100KBCBR 1613470-4 17
H8100KBDBR 1613470-6 17
H8100KBDDR 2-1613470-0 17
H8100KBYBR 1613470-7 17
H8100KBYDR 1613470-9 17
H8100KBZBR 1-1613470-0 17
H8100KCDBR 2-1613470-2 17
H8100KDCBR 1-1613470-1 17
H8100KDDBR 2-1613470-3 17
H8100KDYBR 2-1613470-4 17
H8100KDZBR 1-1613470-2 17
H8100KFAAR 1-1613470-3 17
H8100KFBAR 1-1613470-4 17
H8100KFCBR 1-1613470-5 17
H8100KFDBR 1-1613470-7 17
H8100KFYBR 1-1613470-9 17
H8100RBAAR 1-1613471-7 17
H8100RBBAR 1613471-1 17
H8100RBCBR 1613471-2 17
H8100RBDBR 1613471-4 17
H8100RBYBR 1613471-5 17
H8100RBZBR 1613471-7 17
H8100RDCBR 1613471-8 17
H8100RDYBR 1613471-9 17
H8100RDZBR 1-1613471-0 17
H8100RFAAR 1-1613471-1 17
H8100RFDBR 1-1613471-2 17
H8100RFYBR 1-1613471-4 17
H8100RFYDR 1-1613471-5 17
H8101K4BCBR 4-1613471-0 17
H8101RFYBR 5-1613471-0 17
H8102KBDBR 1613472-1 17
H8102KBYBR 1613472-2 17
H8102KBYDR 1613472-4 17
H8102RBCBR 1613473-1 17
H8102RBDBR 1613473-2 17
H8102RBYBR 1613473-3 17
H8103KBAAR 1613474-1 17
H8105KBDBR 1613475-1 17
H8105KBYBR 1613475-2 17
H8105KBYDR 1613475-3 17
H8105RBYBR 1613476-1 17
H8107KBYBR 1613477-1 17
H8107KBYDR 1613477-2 17
H8107RBDBR 1613478-2 17
H8107RBYBR 1613478-3 17
H810K07DCBR 1613479-4 17
H810K1BCBR 1613479-1 17
H810K1BDBR 1613479-2 17
H810K1BYBR 1613479-3 17
H810K2BCBR 1613480-1 17
H810K2BDBR 1613480-2 17
H810K2BYBR 1613480-3 17
H810K3DZBR 1613481-1 17
H810K49BYBR 1613482-1 17
H810K5BDBR 1613483-1 17
H810K5BYBR 1613483-2 17
H810K72BYBR 1613484-1 17
H810K7BDBR 1613485-1 17
H810K7BYBR 1613485-2 17
H810K7BYDR 1613485-3 17
H810KBAAR 1613486-1 17
H810KBBAR 2-1613486-6 17
H810KBCBR 1613486-2 17
H810KBDBR 1613486-3 17
H810KBDDR 1613486-4 17
H810KBYBR 1613486-6 17
H810KBYDR 1613486-7 17
H810KBZBR 2-1613486-4 17
H810KCCBR 1-1613486-0 17
H810KCDBR 2-1613486-5 17
H810KDBAR 1-1613486-1 17
H810KDCBR 1-1613486-2 17
H810KDDBR 1-1613486-3 17
H810KDYBR 1-1613486-4 17
H810KDZBR 1-1613486-5 17
H810KFAAR 1-1613486-6 17
H810KFBAR 1-1613486-7 17
H810KFCBR 1-1613486-8 17
H810KFDBR 1-1613486-9 17
H810KFYBR 2-1613486-1 17
H810KFYDR 2-1613486-2 17
H810R2BDBR 1613487-1 17
H810R2BYAR 1613487-2 17
H810R5BDAR 1613488-1 17

H810R7BDBR 1613489-1 17
H810RAYAR 1613490-1 17
H810RBCAR 1613490-2 17
H810RBDAR 1613490-3 17
H810RBYAR 1613490-4 17
H810RBZBR 1613490-5 17
H810RDCBR 1613490-6 17
H810RDZBR 1-1613490-0 17
H810RFCBR 1613490-7 17
H810RFYAR 1613490-8 17
H8110KBCBR 1613491-1 17
H8110KBDBR 1613491-2 17
H8110KBDDR 1613491-3 17
H8110KBYBR 1613491-4 17
H8110KBYDR 1613491-5 17
H8110KDCBR 1613491-7 17
H8110KFDBR 1613491-8 17
H8110KFYBR 1613491-9 17
H8110RBDBR 1613492-1 17
H8110RBYBR 1613492-2 17
H8110RDYBR 1613492-4 17
H8110RFCBR 1613492-6 17
H8110RFYBR 1613492-3 17
H8110RFYDR 1613492-5 17
H8111K1BDBR 1613493-1 17
H8111KCDBR 1613493-2 17
H8111KDCBR 1613493-3 17
H8111RBDBR 1613494-1 17
H8113KBDBR 1613495-2 17
H8113KBYBR 1613495-1 17
H8113RBDBR 1613496-1 17
H8113RBYBR 1613496-2 17
H8114R9BCBR 1613497-1 17
H8115KBYBR 1613498-1 17
H8115RBCBR 1613499-1 17
H8115RBDBR 1613499-2 17
H8115RBYBR 1613499-3 17
H8116K086BAAR 1613500-1 17
H8118KADAR 1613501-1 17
H8118KBDBR 1613501-2 17
H8118KBYBR 1613501-3 17
H8118RBDBR 1613502-1 17
H8118RBYBR 1613502-3 17
H8118RDCBR 1613502-2 17
H811K3BCBR 1613503-1 17
H811K3BDBR 1613503-2 17
H811K3BYBR 1613503-3 17
H811K5AYAR 1613504-1 17
H811K5BDBR 1613504-3 17
H811K5BYBR 1613504-2 17
H811K5BYDR 1613504-4 17
H811K8BDBR 1613505-1 17
H811K8BYBR 1613505-2 17
H811K8FDBR 1613505-3 17
H811KBBBR 1613506-1 17
H811KBDBR 1613506-2 17
H811KBYBR 1613506-3 17
H811KBZBR 1613506-5 17
H811KCCBR 1613506-6 17
H811KDCBR 1-1613506-1 17
H811KFCBR 1613506-7 17
H811KFDBR 1-1613506-2 17
H811KFYBR 1613506-9 17
H811KFYDR 1-1613506-0 17
H811R3BDBR 1613507-1 17
H811R5BDBR 1613508-1 17
H811RBYAR 1613509-1 17
H811RDCBR 1613509-3 17
H811RFCBR 1613509-4 17
H811RFYAR 1613509-2 17
H8120KBDBR 1613510-1 17
H8120KBDDR 1613510-2 17
H8120KBYBR 1613510-3 17
H8120KDZBR 1613510-8 17
H8120KFCBR 1613510-4 17
H8120KFDBR 1613510-5 17
H8120KFYDR 1613510-7 17
H8120RBCBR 1613511-1 17
H8120RBDBR 1613511-9 17
H8120RBYBR 1613511-2 17
H8120RDBAR 1613511-3 17
H8120RDZBR 1613511-4 17
H8120RFAAR 1613511-5 17
H8120RFDBR 1613511-8 17
H8120RFYBR 1613511-6 17
H8121KBDBR 1613512-1 17
H8121KBYBR 1613512-2 17
H8121KBYDR 1613512-3 17
H8121KDCBR 1613512-4 17
H8121RBDBR 1613513-1 17
H8121RBYBR 1613513-2 17
H8121RBZBR 1613513-3 17

* Please contact your Sales Representative for parts not listed
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H8121RFCBR 1613513-4 17
H8123RDCBR 1613514-1 17
H8124KBDBR 1613515-1 17
H8124KBYBR 1613515-2 17
H8124RBDBR 1613516-1 17
H8124RBYBR 1613516-3 17
H8124RDCBR 1613516-2 17
H8125KBCBR 1613517-2 17
H8125KBDBR 1613517-1 17
H8125RAAAR 1613518-5 17
H8125RAYAR 1613518-4 17
H8125RBCBR 1613518-1 17
H8125RBDBR 1613518-2 17
H8125RBYBR 1613518-3 17
H8127KBYBR 1613519-1 17
H8127KFDBR 1613519-2 17
H8127RBDBR 1613520-1 17
H8127RBYBR 1613520-2 17
H8128K5BCBR 1613521-1 17
H8128K867BAAR 1613522-1 17
H812K04BYBR 1613523-1 17
H812K1BCBR 1613524-1 17
H812K1BDBR 1613524-2 17
H812K1BDDR 1613524-3 17
H812K1BYBR 1613524-4 17
H812K1DCBR 1613524-5 17
H812K3BDBR 1613525-1 17
H812K3BZBR 1613525-2 17
H812K4BDBR 1613526-1 17
H812K4BYBR 1613526-2 17
H812K4DCBR 1613526-3 17
H812K5BDBR 1613527-1 17
H812K5BYBR 1613527-2 17
H812K7BAAR 1613528-1 17
H812K7BDBR 1613528-2 17
H812K7BYBR 1613528-3 17
H812K7BYDR 1613528-4 17
H812K7CCBR 1613528-5 17
H812KAYAR 1-1613529-2 17
H812KBDBR 1613529-1 17
H812KBYBR 1613529-2 17
H812KCDBR 1613529-4 17
H812KDCBR 1613529-5 17
H812KDCDR 1-1613529-1 17
H812KDDBR 1613529-6 17
H812KDZBR 1613529-7 17
H812KFCBR 1613529-8 17
H812KFDBR 1613529-9 17
H812KFYBR 1-1613529-0 17
H812R1BDAR 1613530-4 17
H812R1DCBR 1613530-1 17
H812R1FCBR 1613530-2 17
H812R1FYAR 1613530-3 17
H812R4BDBR 1613531-1 17
H812RBYAR 1613531-2 17
H812RCDBR 1613531-3 17
H812RDCBR 1613532-2 17
H812RFYAR 1613532-1 17
H8130KBDBR 1613533-1 17
H8130KBDDR 1613533-2 17
H8130KBYBR 1613533-3 17
H8130KCDBR 1613533-6 17
H8130KDCBR 1613533-4 17
H8130KFDBR 1613533-5 17
H8130KFYBR 1613533-7 17
H8130RAYAR 1613534-1 17
H8130RBAAR 1613534-2 17
H8130RBDBR 1613534-3 17
H8130RBYBR 1613534-4 17
H8130RDCBR 1613534-5 17
H8130RFCBR 1613534-6 17
H8130RFYBR 1613534-7 17
H8133KBDBR 1613535-1 17
H8133KBYBR 1613535-2 17
H8133KBYDR 1613535-3 17
H8133RBDBR 1613536-3 17
H8133RBYBR 1613536-1 17
H8133RBYDR 1613536-2 17
H8135KBYBR 1613537-1 17
H8137K3BAAR 1613538-1 17
H8137KBDBR 1613539-2 17
H8137KBYBR 1613539-1 17
H8137RBYBR 1613540-1 17
H813K3BDBR 1613541-1 17
H813K3BYBR 1613541-2 17
H813K3FDBR 1613541-3 17
H813K72BCBR 1613542-1 17
H813K7BDBR 1613543-1 17
H813K7BYBR 1613543-2 17
H813K7BYDR 1613543-3 17
H813K7DZBR 1613543-4 17
H813K7FCBR 1613543-5 17

H813K88BCBR 1613544-1 17
H813KBDBR 1613545-1 17
H813KBYBR 1613545-2 17
H813KDCBR 1613545-4 17
H813KFAAR 1613545-5 17
H813KFDBR 1613545-6 17
H813KFYBR 1613545-7 17
H813KFYDR 1613545-8 17
H813RBDAR 1613546-4 17
H813RBYAR 1613546-1 17
H813RFCBR 1613546-2 17
H813RFYAR 1613546-3 17
H8140KBDBR 1613547-1 17
H8140KBYBR 1613547-3 17
H8140KBYDR 1613547-4 17
H8140KCDBR 1613547-5 17
H8140RBDBR 1613548-1 17
H8140RFCBR 1613548-2 17
H8143KBDBR 1613549-1 17
H8143KBYBR 1613549-2 17
H8143KBYDR 1613549-3 17
H8143RBYBR 1613550-1 17
H8143RBYDR 1613550-2 17
H8145KBCBR 1613551-1 17
H8146K157BAAR 1613552-1 17
H8146K175BAAR 1614477-1 17
H8147KBDBR 1613553-1 17
H8147KBYBR 1613553-2 17
H8147RBYBR 1613553-4 17
H8147RFDBR 1613553-5 17
H814K12BCBR 1613553-3 17
H814K28BCBR 1613554-1 17
H814K3BDBR 1613555-1 17
H814K3BYBR 1613555-2 17
H814K3DCBR 1613555-3 17
H814K3FCBR 1613555-4 17
H814K3FDBR 1613555-5 17
H814K51BCBR 1-1613555-0 17
H814K7BDBR 1613556-1 17
H814K7BYBR 1613556-2 17
H814KBBBR 1613557-1 17
H814KBDBR 1613557-2 17
H814KBYBR 1613557-3 17
H814KCDBR 1613557-5 17
H814KDCBR 1613557-6 17
H814R7BDAR 1630881-1 17
H814RBYAR 1613558-1 17
H814RFCBR 1613558-2 17
H8150KBAAR 1613559-1 17
H8150KBCBR 1613559-2 17
H8150KBDBR 1613559-3 17
H8150KBDDR 1613559-4 17
H8150KBYBR 1613559-5 17
H8150KBYDR 1613559-6 17
H8150KBZBR 1613559-8 17
H8150KCDBR 1613559-9 17
H8150KDZBR 1-1613559-2 17
H8150KFAAR 1-1613559-0 17
H8150KFCBR 1-1613559-1 17
H8150KFDBR 1-1613559-3 17
H8150RBBAR 1613560-1 17
H8150RBCBR 1613560-2 17
H8150RBDBR 1613560-3 17
H8150RBYBR 1613560-4 17
H8150RCDBR 1613560-5 17
H8150RDCBR 1613560-6 17
H8150RDCDR 1-1613560-2 17
H8150RDYBR 1-1613560-1 17
H8150RDZBR 1613560-7 17
H8150RFCBR 1613560-8 17
H8150RFYBR 1-1613560-0 17
H8151K805BAAR 1613561-1 17
H8154K6BCBR 1613562-3 17
H8154KBDBR 1613562-4 17
H8154KBYBR 1613562-1 17
H8154KBYDR 1613562-2 17
H8154RBCBR 1613563-1 17
H8154RBYBR 1613563-2 17
H8158KBDBR 1613564-1 17
H8158KBYBR 1613564-2 17
H8158RBDBR 1613565-1 17
H8158RBYBR 1613565-2 17
H8158RDZBR 1613565-3 17
H8159K6BYBR 1613566-1 17
H815K26BCBR 5-1613566-0 17
H815K4BCBR 1613567-8 17
H815K4BDBR 1613567-1 17
H815K4BYBR 1613567-2 17
H815K4DDBR 1613567-6 17
H815K4DYBR 1613567-7 17
H815K4FAAR 1613567-4 17
H815K4FCBR 1613567-5 17

H815K4FDBR 1613567-9 17
H815K85BCBR 1613568-1 17
H815K89BCBR 1-1613568-0 17
H815K8BDBR 1613569-1 17
H815K8BYBR 1613569-2 17
H815KBCBR 1613570-1 17
H815KBDBR 1613570-2 17
H815KBDDR 1613570-3 17
H815KBYBR 1613570-5 17
H815KBYDR 1613570-6 17
H815KDCBR 1-1613570-3 17
H815KDYBR 1613570-8 17
H815KDZBR 1-1613570-5 17
H815KFDBR 1613570-9 17
H815KFYBR 1-1613570-1 17
H815KFYDR 1-1613570-2 17
H815R4BDAR 1613571-1 17
H815RBDAR 1613572-1 17
H815RBYAR 1613572-2 17
H815RFCBR 1613572-3 17
H815RFYAR 1613572-4 17
H8160KBDBR 1613573-4 17
H8160KBYBR 1613573-1 17
H8160KFYBR 1613573-3 17
H8160RDYBR 1613574-1 17
H8160RFYBR 1613574-2 17
H8162KBDBR 1613575-1 17
H8162KBYBR 1613575-2 17
H8162KFDBR 1613575-3 17
H8162RBDBR 1613576-1 17
H8162RBYBR 1613576-2 17
H8164K160BBAR 1613577-1 17
H8165KBDBR 1613578-2 17
H8165KBYBR 1613578-1 17
H8165RBCBR 1613579-1 17
H8165RBDBR 1613579-2 17
H8165RBYBR 1613579-3 17
H8165RFCBR 1613579-4 17
H8169KBDBR 1613580-1 17
H8169KBYBR 1613580-2 17
H8169RBYBR 1613581-1 17
H816K2BDBR 1613582-5 17
H816K2BYBR 1613582-1 17
H816K2BYDR 1613582-2 17
H816K2FDBR 1613582-6 17
H816K2FYBR 1613582-4 17
H816K5BDBR 1613583-1 17
H816K5BYBR 1613583-2 17
H816K77BYBR 1-1613583-0 17
H816K78BDBR 1613584-1 17
H816K78BYBR 1613584-2 17
H816K9BDBR 1613585-1 17
H816K9BYBR 1613585-2 17
H816K9BYDR 1613585-3 17
H816K9DYBR 1613585-5 17
H816K9FYBR 1613585-6 17
H816KBDBR 1613586-1 17
H816KBYBR 1613586-2 17
H816KDZBR 1613586-4 17
H816KFYBR 1613586-5 17
H816R2BDBR 1613587-1 17
H816R2FCBR 1613587-2 17
H816R5BDBR 1613588-1 17
H816R97BDAR 1613589-1 17
H816RFYAR 1613590-1 17
H8170KBBAR 1613591-1 17
H8174KBDBR 1613592-1 17
H8174KBYBR 1613592-2 17
H8174RBDBR 1613593-1 17
H8174RBYBR 1613593-2 17
H8178KBDBR 1613594-1 17
H8178KBYBR 1613594-2 17
H8178KDCBR 1613594-3 17
H8178KDDBR 1613594-4 17
H8178RBDBR 1613595-1 17
H8178RBYBR 1613595-2 17
H8178RDZBR 1613595-3 17
H817K4BDBR 1613596-1 17
H817K4BYBR 1613596-2 17
H817K4FCBR 1613596-3 17
H817K4FDBR 1613596-4 17
H817K62BCBR 1613597-1 17
H817K72BYBR 1613598-1 17
H817K8BDBR 1613599-1 17
H817K8BYBR 1613599-2 17
H817K8DDBR 1613599-3 17
H817K8FYBR 1613599-4 17
H817R4BDBR 1613600-1 17
H817R4FCAR 1613600-2 17
H817R7BCBR 1613601-1 17
H8180K4BYBR 1613602-1 17
H8180KBCBR 1613603-1 17

H8180KBDBR 1613603-2 17
H8180KBDDR 1613603-8 17
H8180KBYBR 1613603-3 17
H8180KDYBR 1613603-5 17
H8180KDZBR 1613603-9 17
H8180KFCBR 1613603-6 17
H8180KFDBR 1-1613603-0 17
H8180RBCBR 1613604-8 17
H8180RBDBR 1613604-1 17
H8180RBYBR 1613604-2 17
H8180RCCBR 1613604-3 17
H8180RCDBR 1613604-4 17
H8180RDZBR 1613604-5 17
H8180RFYBR 1613604-7 17
H8182KBDBR 1613605-1 17
H8182KBYBR 1613605-2 17
H8182KFDBR 1613605-3 17
H8182RBDBR 1613606-1 17
H8182RBYBR 1613606-2 17
H8184K6BCBR 1613607-1 17
H8186K238BAAR 1613608-1 17
H8187KBDBR 1613609-1 17
H8187KBYBR 1613609-2 17
H8187RBDBR 1613610-1 17
H8187RBYBR 1613610-3 17
H8187RCCBR 1613610-2 17
H8187RDCBR 1613610-4 17
H8187RFCBR 1613610-5 17
H818K2BDBR 1613611-1 17
H818K2BYBR 1613611-2 17
H818K2BYDR 1613611-3 17
H818K76BYBR 1613612-1 17
H818K7AAAR 1613613-4 17
H818K7BDBR 1613613-1 17
H818K7BYBR 1613613-2 17
H818KBDBR 1613614-1 17
H818KBDDR 1-1613614-0 17
H818KBYBR 1613614-2 17
H818KCCBR 1613614-4 17
H818KCDBR 1613614-5 17
H818KDCBR 1613614-6 17
H818KDZBR 1613614-7 17
H818KFYBR 1613614-9 17
H818R2BDBR 1613615-1 17
H818R2BYAR 1613615-2 17
H818R2FCBR 1613615-3 17
H818R2FYAR 1613615-4 17
H818R7DCBR 1613616-1 17
H818RBYAR 1613617-1 17
H818RBZBR 1613617-2 17
H818RCDBR 1613617-5 17
H818RDZBR 1613617-3 17
H818RFYAR 1613617-4 17
H8190RBCBR 1613618-1 17
H8191KBYBR 1613619-1 17
H8191RBDBR 1613620-1 17
H8191RBYBR 1613620-2 17
H8196K6BBAR 1613621-1 17
H8196KBBAR 1613622-1 17
H8196KBDBR 1613622-2 17
H8196KBYBR 1613622-3 17
H8196KFYBR 1613622-4 17
H8196RBDBR 1613623-2 17
H8196RBYBR 1613623-1 17
H8197K71BYBR 1613624-1 17
H819K1BDBR 1613624-2 17
H819K1BYBR 1613625-1 17
H819K6BDBR 1613626-1 17
H819K6BYBR 1613626-2 17
H819K6CDBR 1613626-3 17
H819K6FYBR 1613626-4 17
H819K93BYBR 1613627-1 17
H819KDZBR 1613628-1 17
H819R1BDBR 1-1613628-0 17
H81K027BCBR 1613629-1 17
H81K02BCBR 1613630-1 17
H81K02BDBR 1613630-2 17
H81K02BYBR 1613630-3 17
H81K0512BDBR 1613631-4 17
H81K05BDBR 1613631-1 17
H81K05BYBR 1613631-3 17
H81K05DCBR 1613631-2 17
H81K07BYBR 1613632-2 17
H81K07DCBR 1613632-1 17
H81K08BCBR 1613633-1 17
H81K094CDBR 1613633-2 17
H81K0ADAR 1613634-1 17
H81K0AYAR 1613634-2 17
H81K0BAAR 2-1613634-2 17
H81K0BBAR 1613634-3 17
H81K0BCBR 1613634-4 17
H81K0BDBR 1613634-5 17

* Please contact your Sales Representative for parts not listed
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H81K0BDDR 1-1613634-7 17
H81K0BYBR 1613634-6 17
H81K0BYDR 1-1613634-8 17
H81K0BZBR 1613634-8 17
H81K0CDBR 1-1613634-9 17
H81K0DCBR 1613634-9 17
H81K0DDBR 2-1613634-1 17
H81K0DYBR 1-1613634-0 17
H81K0DZBR 1-1613634-1 17
H81K0FCBR 1-1613634-2 17
H81K0FDBR 1-1613634-3 17
H81K0FYBR 1-1613634-5 17
H81K11BAAR 1613635-1 17
H81K13BDBR 1613636-1 17
H81K13BYBR 1613636-2 17
H81K15BDBR 1613637-1 17
H81K15BYBR 1613637-2 17
H81K15DCBR 1613637-3 17
H81K18BCBR 1613638-1 17
H81K18BDBR 1613638-2 17
H81K18BYBR 1613638-3 17
H81K1BDBR 1613639-1 17
H81K1BDDR 1613639-2 17
H81K1BYBR 1613639-3 17
H81K1BYDR 1613639-8 17
H81K1CDBR 1613639-7 17
H81K1FCBR 1613639-4 17
H81K1FDBR 1613639-5 17
H81K1FYBR 1613639-6 17
H81K21BDBR 1613640-1 17
H81K21BYBR 1613640-2 17
H81K21FCBR 1613640-3 17
H81K24BCBR 1613641-4 17
H81K24BDBR 1613641-1 17
H81K24BYBR 1613641-2 17
H81K24FDBR 1613641-3 17
H81K251BCBR 1613642-1 17
H81K25BCBR 1613643-1 17
H81K26DZBR 1613644-1 17
H81K27BDBR 1613645-1 17
H81K27BYBR 1613645-2 17
H81K27BYDR 1613645-3 17
H81K2BCBR 1613646-1 17
H81K2BDBR 1613646-2 17
H81K2BYBR 1613646-3 17
H81K2BYBYR 1613646-5 17
H81K2BYDR 1613646-4 17
H81K2CDBR 1-1613646-1 17
H81K2DCBR 1613646-6 17
H81K2DYBR 1-1613646-2 17
H81K2DZBR 1613646-7 17
H81K2FDBR 1613646-8 17
H81K2FYBR 1613646-9 17
H81K32BCBR 1613647-1 17
H81K33AYAR 1613648-1 17
H81K33BYBR 1613648-2 17
H81K33DCBR 1613648-3 17
H81K37BYBR 1613649-1 17
H81K37FDBR 1613649-2 17
H81K3BDBR 1613650-1 17
H81K3BYBR 1613650-2 17
H81K3CDBR 1613650-3 17
H81K3DCBR 1613650-4 17
H81K3DZBR 1613650-6 17
H81K3FYBR 1613650-5 17
H81K40BYBR 1613651-1 17
H81K43BDBR 1613652-1 17
H81K43BYBR 1613652-2 17
H81K441BYBR 1613653-1 17
H81K47BYBR 1613654-1 17
H81K47DCBR 1613654-2 17
H81K47FCBR 1613654-3 17
H81K4BDBR 1613655-1 17
H81K4BYBR 1613655-2 17
H81K4DBAR 1613655-3 17
H81K4DCBR 1613655-4 17
H81K4FCBR 1613655-5 17
H81K4FDBR 1613655-6 17
H81K50FCBR 1613656-1 17
H81K54BDBR 1613657-1 17
H81K54BYBR 1613657-2 17
H81K58BDBR 1613658-1 17
H81K58BDDR 1613658-7 17
H81K58BYBR 1613658-2 17
H81K58DZBR 1613658-4 17
H81K58FYBR 1613658-5 17
H81K5AYAR 1-1613659-1 17
H81K5BBAR 1-1613659-2 17
H81K5BCBR 1613659-1 17
H81K5BDBR 1613659-2 17
H81K5BYBR 1613659-3 17
H81K5CCBR 1613659-4 17

H81K5DCBR 1613659-5 17
H81K5DYBR 1613659-6 17
H81K5DZBR 1613659-7 17
H81K5FCBR 1613659-8 17
H81K5FDBR 1613659-9 17
H81K5FYBR 1-1613659-0 17
H81K602BCBR 1613660-1 17
H81K62BCBR 1613661-1 17
H81K62BDBR 1613661-2 17
H81K62BYBR 1613661-3 17
H81K62BYDR 1613661-4 17
H81K62FDBR 1613661-6 17
H81K65BDBR 1613662-1 17
H81K65BYBR 1613662-2 17
H81K65BYDR 1613662-3 17
H81K65FYBR 1613662-5 17
H81K69BDBR 1613663-1 17
H81K69BYBR 1613663-2 17
H81K69FAAR 1613663-4 17
H81K6BYBR 1613664-1 17
H81K6CDBR 1613664-3 17
H81K6FYBR 1613664-2 17
H81K704BZBR 1613665-1 17
H81K72BDBR 1-1613665-0 17
H81K74AYAR 1613666-3 17
H81K74BDBR 1613666-1 17
H81K74BYBR 1613666-2 17
H81K774DCBR 1613667-1 17
H81K78BYBR 1613667-2 17
H81K78CCBR 1613668-1 17
H81K82BDBR 1613669-1 17
H81K82BYBR 1613669-2 17
H81K82DCBR 1613669-3 17
H81K82DYBR 1613669-4 17
H81K82FCBR 1613669-6 17
H81K87BYBR 1613670-1 17
H81K8BDBR 1613671-1 17
H81K8BYBR 1613671-2 17
H81K8DCBR 1613671-3 17
H81K8DZBR 1613671-4 17
H81K8FCBR 1613671-5 17
H81K8FDBR 1613671-6 17
H81K8FYBR 1613671-8 17
H81K91BDBR 1613672-1 17
H81K91BYBR 1613672-4 17
H81K91DCBR 1613672-2 17
H81K96BDBR 1613673-1 17
H81K96BYBR 1613673-2 17
H81K96DCBR 1613673-4 17
H81K98BCBR 1613674-1 17
H81K98BYBR 1613674-2 17
H81K9BCBR 1613675-1 17
H81M0BBBR 1613676-1 17
H81M0BDBR 1613676-2 17
H81M0BYBR 1613676-4 17
H81M0BYDR 1-1613676-4 17
H81M0CDBR 1-1613676-5 17
H81M0DBAR 1-1613676-1 17
H81M0DCBR 1-1613676-3 17
H81M0DZBR 1613676-7 17
H81M0FDBR 1613676-8 17
H81M0FYBR 1-1613676-0 17
H81M2DCAR 1613677-1 17
H81M3FCAR 1613678-1 17
H81M5BDAR 1613679-1 17
H81M5CDAR 1613679-3 17
H81M5FCAR 1613679-2 17
H81R02FCAR 1613681-1 17
H81R0FCAR 1613681-3 17
H81R4FCAR 1613682-1 17
H81R5FCAR 1613682-2 17
H81R82FCAR 1613683-1 17
H8200KAYAR 1613684-1 17
H8200KBCBR 1613684-2 17
H8200KBDBR 1613684-3 17
H8200KBYBR 1613684-4 17
H8200KBYDR 1613684-5 17
H8200KDCBR 1613684-7 17
H8200KDZBR 1-1613684-1 17
H8200KFDBR 1613684-8 17
H8200KFYBR 1-1613684-0 17
H8200RBCBR 1613685-1 17
H8200RBDBR 1613685-2 17
H8200RBYBR 1613685-3 17
H8200RDCBR 1613685-4 17
H8200RDZBR 1613685-5 17
H8200RFCBR 1613685-6 17
H8200RFYBR 1613685-8 17
H8205KBDBR 1613686-1 17
H8205KBYBR 1613686-2 17
H8205RBDBR 1613687-1 17
H8205RBYBR 1613687-2 17

H8205RFCBR 1613687-3 17
H820K03BCBR 1613688-1 17
H820K47BCBR 1613689-1 17
H820K5BDBR 1613690-1 17
H820K5BYBR 1613690-2 17
H820KABAR 1613691-1 17
H820KBAAR 1-1613691-5 17
H820KBCBR 1613691-2 17
H820KBDBR 1613691-3 17
H820KBDDR 1613691-4 17
H820KBYBR 1613691-5 17
H820KBYDR 1613691-6 17
H820KBZBR 1613691-8 17
H820KCDBR 1-1613691-8 17
H820KDCBR 1613691-9 17
H820KDYBR 1-1613691-0 17
H820KDZBR 1-1613691-6 17
H820KFAAR 1-1613691-1 17
H820KFCBR 1-1613691-2 17
H820KFDBR 1-1613691-9 17
H820KFYBR 1-1613691-4 17
H820R5BDBR 1613692-1 17
H820RADAR 1613693-1 17
H820RBDBR 1613693-2 17
H820RBYAR 1613693-3 17
H820RCDBR 1613693-8 17
H820RDCBR 1613693-4 17
H820RDZBR 1613693-7 17
H820RFYAR 1613693-6 17
H8210KBCBR 1613694-1 17
H8210KBDBR 1613694-2 17
H8210KBYBR 1613694-3 17
H8210RBDBR 1613695-1 17
H8210RBYBR 1613695-2 17
H8210RFCBR 1613695-3 17
H8210RFYBR 1613695-4 17
H8215KBDBR 1613696-1 17
H8215KBYBR 1613696-2 17
H8215KDCBR 1613696-3 17
H8215RBYBR 1613697-1 17
H821K26BYBR 1613698-1 17
H821K2BCBR 1613699-1 17
H821K5BDBR 1613700-1 17
H821K5BYBR 1613700-2 17
H821K5FDBR 1613700-3 17
H821KBDBR 1613701-1 17
H821KBYBR 1613701-2 17
H821KBYDR 1613701-3 17
H821R5BDBR 1613702-3 17
H821R5BYAR 1613702-1 17
H821R5FYAR 1613702-2 17
H821RBDAR 1613703-1 17
H821RBYAR 1613703-3 17
H821RDCBR 1613703-2 17
H8220KBCBR 1613704-1 17
H8220KBDBR 1-1613704-0 17
H8220KBYBR 1613704-2 17
H8220KDZBR 1613704-4 17
H8220KFCBR 1613704-5 17
H8220KFDBR 1613704-6 17
H8220KFYBR 1613704-7 17
H8220RBDBR 1613705-1 17
H8220RBYBR 1613705-2 17
H8220RCYBR 1613705-3 17
H8220RDCBR 1613705-4 17
H8220RDCDR 1-1613705-0 17
H8220RDYBR 1613705-9 17
H8220RDZBR 1613705-5 17
H8220RFCBR 1613705-6 17
H8220RFYBR 1613705-7 17
H8221KBDBR 1613706-1 17
H8221KBYBR 1613706-2 17
H8221KFDBR 1613706-3 17
H8221KFYBR 1613706-4 17
H8221RBDBR 1613707-1 17
H8221RBYBR 1613707-2 17
H8221RFCBR 1613707-3 17
H8226KBDBR 1613708-1 17
H8226KBYBR 1613708-2 17
H8226KBZBR 1613708-3 17
H8226RBDBR 1613709-1 17
H8226RBYBR 1613709-2 17
H8226RFAAR 1613709-3 17
H8229K4BCBR 1613710-1 17
H822K1BDBR 1613711-1 17
H822K1BDDR 1613711-2 17
H822K1BYBR 1613711-3 17
H822K1BYDR 1613711-4 17
H822K1DCBR 1613711-5 17
H822K1FDBR 1613711-6 17
H822K1FYBR 1613711-8 17
H822K3BYBR 1613712-1 17

H822K3FCBR 1613712-2 17
H822K4BCBR 1613713-1 17
H822K6BDBR 1613714-1 17
H822K6BYBR 1613714-2 17
H822K76BYBR 1613715-1 17
H822KBDBR 1613716-5 17
H822KBYBR 1613716-1 17
H822KCDBR 1613716-8 17
H822KDZBR 1613716-7 17
H822KFYBR 1613716-4 17
H822R1BDBR 1613717-1 17
H822R5BDAR 1613718-1 17
H822R6BDBR 1613719-1 17
H822RBYAR 1613719-2 17
H822RFYAR 1613720-2 17
H8230RBAANR 1613721-1 17
H8232KBDBR 1613722-1 17
H8232KBYBR 1613722-2 17
H8232KDCBR 1613722-3 17
H8232KFDBR 1613722-4 17
H8232RBDBR 1613723-1 17
H8232RBYBR 1613723-2 17
H8235R4BCBR 1613724-1 17
H8237KBABR 1613725-1 17
H8237KBDBR 1613725-2 17
H8237KBYBR 1613725-3 17
H8237KBYDR 1613725-4 17
H8237KDCBR 1613725-5 17
H8237KFAAR 1613725-6 17
H8237RBDBR 1613726-1 17
H8237RBYBR 1613726-2 17
H8237RFCBR 1613726-3 17
H8238K2BCBR 1613727-1 17
H823K08BCBR 5-1613727-0 17
H823K2BDBR 1613728-1 17
H823K2BYBR 1613728-2 17
H823K2FCBR 1613728-3 17
H823K2FYBR 1613728-5 17
H823K5BDBR 1613729-1 17
H823K7BDBR 1613730-1 17
H823K7BYBR 1613730-3 17
H823K7FYBR 1613730-4 17
H823K9BCBR 1-1613730-0 17
H823R2BDBR 1613731-1 17
H823R2BYAR 1613731-2 17
H823R7BDAR 1613731-4 17
H8240KBDBR 1613732-1 17
H8240KBYBR 1613732-2 17
H8240KDZBR 1613732-7 17
H8240KFCBR 1613732-4 17
H8240KFDBR 1613732-5 17
H8240KFYBR 1613732-6 17
H8240RBYBR 1613733-1 17
H8240RBZBR 1613733-2 17
H8240RCDBR 1613733-3 17
H8240RDYBR 1613733-4 17
H8240RDZBR 1613733-5 17
H8240RFYBR 1613733-6 17
H8242KBYDR 1613734-1 17
H8243KBYBR 1613735-1 17
H8243KDCBR 1613735-2 17
H8243KFDBR 1613735-3 17
H8243RBCBR 1613736-1 17
H8243RBDBR 1613736-2 17
H8243RBYBR 1613736-3 17
H8243RDCBR 1613736-4 17
H8245K1BCBR 1613737-1 17
H8249KBCBR 1613738-1 17
H8249KBDBR 1613738-2 17
H8249KBYBR 1613738-3 17
H8249RBCBR 1613739-1 17
H8249RBDBR 1613739-2 17
H8249RBYBR 1613739-3 17
H8249RFCBR 1613739-5 17
H8249RFYBR 1613739-6 17
H824K09BCBR 1613740-6 17
H824K3BDBR 1613740-1 17
H824K3BYBR 1613740-2 17
H824K3DBBR 1613740-4 17
H824K3DCBR 1613740-5 17
H824K49BYBR 1-1613740-0 17
H824K9BDBR 1613741-1 17
H824K9BYBR 1613741-2 17
H824K9DDBR 1613741-6 17
H824K9FDBR 1613741-3 17
H824KBCBR 1613742-1 17
H824KBDBR 1613742-2 17
H824KBYBR 1613742-3 17
H824KDCBR 1613742-5 17
H824KDZBR 1613742-6 17
H824KFDBR 1613742-7 17
H824KFYBR 1613742-8 17

* Please contact your Sales Representative for parts not listed
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H824R9BDBR 1613744-1 17
H824R9BYAR 1613744-2 17
H824R9BYBR 1613744-3 17
H824R9DCBR 1613744-4 17
H824R9FCBR 1613744-5 17
H824R9FYAR 1613744-6 17
H824RDZBR 1613745-3 17
H824RFCBR 1613745-1 17
H824RFYAR 1613745-2 17
H8250K6BCBR 1613746-1 17
H8250KBYBR 1613747-1 17
H8250KCYBR 1613747-2 17
H8250RBBAR 1613748-1 17
H8250RBCBR 1613748-2 17
H8250RBDBR 1613748-3 17
H8250RBYBR 1613748-4 17
H8250RBZBR 1613748-5 17
H8250RCCBR 1613748-6 17
H8250RDCBR 1613748-7 17
H8252RDZBR 1613749-1 17
H8255KBDBR 1613750-1 17
H8255KBYBR 1613750-2 17
H8255KDCBR 1613750-3 17
H8255KFCBR 1613750-4 17
H8255RBDBR 1613751-1 17
H8255RBYBR 1613751-2 17
H8255RFCBR 1613751-3 17
H8257K3BCBR 1613752-1 17
H825K2BYBR 1-1613752-0 17
H825K5BDBR 1613753-1 17
H825K5BYBR 1613753-2 17
H825K5FCBR 1613753-3 17
H825K83BYBR 1613754-1 17
H825KBCBR 1613755-1 17
H825KBYBR 1613755-2 17
H825R2BDAR 1613756-1 17
H8260KDYBR 1613758-5 17
H8261KDAAR 1613758-2 17
H8261RBYBR 1613758-3 17
H8261RFYBR 1613759-1 17
H8262R78BDBR 1-1613759-0 17
H8267KBDBR 1613760-1 17
H8267RBYBR 1613761-1 17
H8267RFCBR 1613761-2 17
H8269K4BCBR 1613762-1 17
H826K1BDDR 1613763-1 17
H826K1BYBR 1613763-3 17
H826K49BYBR 1613764-1 17
H826K7BDBR 1613765-1 17
H826K7BYBR 1613765-2 17
H8270KBDBR 1613767-8 17
H8270KBYBR 1613767-1 17
H8270KBZBR 1613767-3 17
H8270KDCBR 1613767-4 17
H8270KFYBR 1613767-5 17
H8270RBYBR 1613768-1 17
H8270RCDBR 1613768-3 17
H8270RDYBR 1613768-5 17
H8270RDZBR 1613768-6 17
H8270RFYBR 1613768-4 17
H8273RDYBR 1613769-1 17
H8274KBDBR 1613770-1 17
H8274KBYBR 1613770-2 17
H8274KDCBR 1613770-3 17
H8274KDZBR 1613770-4 17
H8274RBDBR 1613771-1 17
H8274RBYBR 1613771-2 17
H8274RFCBR 1613771-3 17
H8275RDCBR 1613772-1 17
H827K1BYBR 1613773-1 17
H827K4BDBR 1613774-1 17
H827K4BYBR 1613774-2 17
H827K4BYDR 1613774-3 17
H827K4DCBR 1613774-4 17
H827K4FDBR 1613774-5 17
H827KBDBR 1613775-9 17
H827KBDDR 1613775-1 17
H827KBYBR 1613775-2 17
H827KDZBR 1613775-4 17
H827KFDBR 1613775-5 17
H827KFYBR 1613775-7 17
H827KFYDR 1613775-8 17
H827R4BDBR 1613776-1 17
H827R4BYBR 1613776-2 17
H827RBCAR 1613777-5 17
H827RBDAR 1613777-6 17
H827RBYAR 1613777-1 17
H827RCDBR 1613777-4 17
H827RDZBR 1613777-2 17
H827RFYAR 1613777-3 17
H8280KBDBR 1613778-1 17
H8280KBYBR 1613778-2 17

H8280RBDBR 1613779-1 17
H8280RBYBR 1613779-2 17
H8287KBDBR 1613780-1 17
H8287KBYBR 1613780-2 17
H8287RBDBR 1613781-1 17
H8287RBYBR 1613781-2 17
H828K4BYBR 1613782-1 17
H828K7BDBR 1613783-3 17
H828K7BYBR 1613783-1 17
H828K7FDBR 1613783-2 17
H828K84BYBR 1-1613783-0 17
H828KBDBR 1613784-1 17
H828KBYBR 1613784-2 17
H828KFCBR 1613784-3 17
H828R7BDBR 1613785-1 17
H8291RBCBR 1613787-1 17
H8294KBDBR 1613788-1 17
H8294KBYBR 1613788-4 17
H8294KDCBR 1613788-3 17
H8294KFCBR 1613788-2 17
H8294RBDBR 1613789-1 17
H8294RBYBR 1613789-3 17
H8298RBDBR 1613790-1 17
H829K1BYBR 1613791-1 17
H829K4BDBR 1613792-1 17
H829K4BYBR 1613792-2 17
H829R4BDAR 1613793-1 17
H829R4BDBR 1613793-2 17
H829R4BYAR 1613793-3 17
H82K01BBAR 1613794-1 17
H82K05BDBR 1613795-1 17
H82K05BYBR 1613795-2 17
H82K05DCBR 1613795-3 17
H82K05DZBR 1613795-4 17
H82K0BCBR 1613796-1 17
H82K0BDBR 1-1613796-5 17
H82K0BDDR 1613796-3 17
H82K0BYBR 1613796-4 17
H82K0BZBR 1613796-6 17
H82K0DCBR 1-1613796-4 17
H82K0DZBR 1613796-8 17
H82K0FCBR 1613796-9 17
H82K0FDBR 1-1613796-0 17
H82K0FYBR 1-1613796-2 17
H82K11AYAR 1613797-1 17
H82K15AYBR 1613798-4 17
H82K15BDBR 1613798-1 17
H82K15BYBR 1613798-2 17
H82K15DCBR 1613798-3 17
H82K18BYBR 1-1613798-0 17
H82K1BCBR 1613799-4 17
H82K1BDBR 1613799-1 17
H82K1BYBR 1613799-2 17
H82K1FAAR 1613799-3 17
H82K21BDBR 1613800-1 17
H82K21BYBR 1613800-2 17
H82K21DCBR 1613800-3 17
H82K21DYBR 1613800-4 17
H82K21FYBR 1613800-5 17
H82K26BDBR 1613801-1 17
H82K26BYBR 1613801-2 17
H82K26FAAR 1613801-3 17
H82K2BCBR 1613802-1 17
H82K2BDBR 1613802-2 17
H82K2BDDR 1-1613802-7 17
H82K2BYBR 1613802-3 17
H82K2BZBR 1613802-5 17
H82K2CCBR 1613802-6 17
H82K2DCBR 1613802-7 17
H82K2DCDR 1-1613802-6 17
H82K2DDBR 1-1613802-8 17
H82K2DZBR 1-1613802-5 17
H82K2FCBR 1613802-9 17
H82K2FDBR 1-1613802-0 17
H82K2FYBR 1-1613802-2 17
H82K2FYDR 1-1613802-3 17
H82K32BDBR 1613803-1 17
H82K32BYBR 1613803-2 17
H82K32FCBR 1613803-3 17
H82K32FYBR 1613803-4 17
H82K35BCBR 1613804-1 17
H82K37BDBR 1613805-1 17
H82K37BYBR 1613805-2 17
H82K388BZBR 1613806-1 17
H82K3BAAR 1613807-1 17
H82K43BDBR 1613808-1 17
H82K43BYBR 1613808-2 17
H82K49AYAR 1613809-1 17
H82K49BAAR 1613809-2 17
H82K49BCBR 1613809-3 17
H82K49BDBR 1613809-4 17
H82K49BYBR 1613809-6 17

H82K49FYBR 1613809-7 17
H82K4BBAR 1613810-9 17
H82K4BCBR 1613810-1 17
H82K4BDBR 1613810-2 17
H82K4BYBR 1613810-3 17
H82K4DZBR 1613810-4 17
H82K4FAAR 1613810-8 17
H82K4FDBR 1613810-5 17
H82K4FYBR 1613810-7 17
H82K55BDBR 1613811-1 17
H82K55BYBR 1613811-2 17
H82K55DCBR 1613811-3 17
H82K5BCBR 1613812-1 17
H82K5BDBR 1613812-2 17
H82K5BYBR 1613812-3 17
H82K5CDBR 1613812-4 17
H82K5DZBR 1613812-5 17
H82K5FAAR 1613812-6 17
H82K61BAAR 1613813-1 17
H82K61BDBR 1613813-2 17
H82K61BYBR 1613813-3 17
H82K61BYDR 1613813-5 17
H82K65BYBR 1613814-1 17
H82K65DZBR 1613814-2 17
H82K67BDBR 1613815-1 17
H82K67BYBR 1613815-2 17
H82K67FCBR 1613815-3 17
H82K74BDBR 1613816-1 17
H82K74BYBR 1613816-2 17
H82K74BYDR 1613816-3 17
H82K74DCBR 1613816-4 17
H82K74DDBR 1613816-6 17
H82K74FCBR 1613816-5 17
H82K7BCBR 1613817-1 17
H82K7BDBR 1613817-2 17
H82K7BYBR 1613817-3 17
H82K7CDBR 1613817-5 17
H82K7DCBR 1613817-6 17
H82K7DZBR 1613817-7 17
H82K7FDBR 1613817-8 17
H82K7FYBR 1-1613817-0 17
H82K87BYBR 1613818-1 17
H82K87BYDR 1613818-5 17
H82K87DCBR 1613818-3 17
H82K87FDBR 1613818-4 17
H82K8BDBR 1613819-1 17
H82K8BYBR 1613819-2 17
H82K8BYDR 1613819-3 17
H82K8DCBR 1613819-4 17
H82K94BDBR 1613820-1 17
H82K94BYBR 1613820-2 17
H82M67FCAR 1613822-1 17
H82R21FCAR 1613823-1 17
H82R26DCAR 1613824-1 17
H82R43FCAR 1613825-1 17
H82R61FCAR 1613826-1 17
H82R67FCBR 1613827-1 17
H82R74FCAR 1613827-2 17
H82R8FCAR 1613828-1 17
H8300KBDBR 1613829-1 17
H8300KBYBR 1613829-2 17
H8300KBZBR 1613829-3 17
H8300KFCBR 1613829-4 17
H8300KFYBR 1613829-5 17
H8300RBDBR 1613829-7 17
H8300RBYBR 1613829-8 17
H8300RBYDR 1-1613829-0 17
H8300RDZBR 1-1613829-1 17
H8300RFYBR 1-1613829-2 17
H8301KBDBR 1613830-1 17
H8301RBDBR 1613831-1 17
H8301RBYBR 1613831-2 17
H8309KBDBR 1613832-1 17
H8309KBYBR 1613832-2 17
H8309KFYBR 1613832-3 17
H8309RBDBR 1613833-3 17
H8309RBYBR 1613833-1 17
H8309RDCBR 1613833-2 17
H830K1BDBR 1613834-1 17
H830K1BYBR 1613834-2 17
H830K1BYDR 1613834-3 17
H830K1DCBR 1613834-4 17
H830K1FDBR 1613834-6 17
H830K1FYBR 1613834-5 17
H830K9BDBR 1613835-1 17
H830K9BYDR 1613835-2 17
H830K9DCBR 1613835-3 17
H830KBCBR 1613836-1 17
H830KBDBR 1613836-2 17
H830KBYBR 1613836-3 17
H830KBZBR 1613836-5 17
H830KCCBR 1613836-6 17

H830KCZBR 1-1613836-4 17
H830KDCBR 1613836-7 17
H830KDZBR 1-1613836-3 17
H830KFCBR 1613836-8 17
H830KFDBR 1613836-9 17
H830KFYBR 1-1613836-1 17
H830KFYDR 1-1613836-2 17
H830R1BDAR 1613837-1 17
H830R1BDBR 1613837-2 17
H830R9BDBR 1613838-1 17
H830RDZBR 1613839-2 17
H830RFYAR 1613839-1 17
H8312KBYDR 1613840-1 17
H8316KBDBR 1613841-3 17
H8316KBYBR 1613841-1 17
H8316KFDBR 1613841-2 17
H8316RBDBR 1613842-1 17
H8316RBYBR 1613842-2 17
H8316RDYBR 1613842-3 17
H8316RFDBR 1613842-4 17
H831K64BYB 1613843-5 17
H831K6BDBR 1613843-1 17
H831K6BYBR 1613843-2 17
H831K6BYDR 1613843-3 17
H831K6FYBR 1613843-4 17
H831R6BDBR 1613844-1 17
H831R6FCBR 1613844-2 17
H8324KBDBR 1613845-2 17
H8324KBYBR 1613845-1 17
H8324RBDBR 1613846-1 17
H8324RBYBR 1613846-2 17
H8326K1BYBR 1613847-1 17
H8326K5BCBR 1613848-1 17
H832K4BDBR 1613849-1 17
H832K4BYBR 1613849-2 17
H832K4BYDR 1613849-3 17
H832KFAAR 1613850-1 17
H832R4BDBR 1613851-1 17
H832RBYAR 1613851-3 17
H8330KBDBR 1613852-1 17
H8330KBYBR 1613852-2 17
H8330KBZBR 1613852-4 17
H8330KDCDR 1613852-5 17
H8330KDZBR 1613852-6 17
H8330KFDBR 1613852-7 17
H8330KFYBR 1613852-9 17
H8330RBCBR 1613853-1 17
H8330RBDBR 1-1613853-0 17
H8330RBYBR 1613853-2 17
H8330RDBAR 1613853-4 17
H8330RDYBR 1613853-5 17
H8330RDZBR 1613853-6 17
H8330RFDBR 1613853-7 17
H8330RFYBR 1613853-9 17
H8332KBDBR 1613854-1 17
H8332KBYBR 1613854-2 17
H8332KDYBR 1613854-3 17
H8332RBAAR 1613855-1 17
H8332RBDBR 1613855-2 17
H8332RBYBR 1613855-3 17
H8332RFCBR 1613855-4 17
H8332RFYBR 1613855-5 17
H833K2BDBR 1613856-1 17
H833K2BDDR 1613856-2 17
H833K2BYBR 1613856-3 17
H833K2BYDR 1613856-4 17
H833K81BCBR 1613857-1 17
H833KBDBR 1613858-1 17
H833KBDDR 1613858-3 17
H833KBYBR 1-1613858-4 17
H833KDCBR 1613858-6 17
H833KDCDR 1613858-7 17
H833KDDBR 1613858-8 17
H833KDYBR 1613858-9 17
H833KDZBR 1-1613858-3 17
H833KFDBR 1-1613858-0 17
H833KFYBR 1-1613858-1 17
H833R2BCBR 1613859-5 17
H833R2BDBR 1613859-1 17
H833R2DCBR 1613859-2 17
H833R2FCBR 1613859-3 17
H833RBYAR 1613860-1 17
H833RDYAR 1613860-2 17
H833RFYAR 1613860-3 17
H8340KBDBR 1613860-5 17
H8340KFYBR 1613861-1 17
H8340RBDBR 1613862-1 17
H8340RBDDR 1613862-2 17
H8340RBYBR 1613862-4 17
H8348KDCBR 1613863-1 17
H8348RBDBR 1613864-1 17
H8348RBYBR 1613864-2 17

* Please contact your Sales Representative for parts not listed
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H8348RDCBR 1613864-3 17
H834K47BYBR 1613865-1 17
H834K8BDBR 1613866-1 17
H834K8BYBR 1613866-2 17
H834K8BYDR 1613866-3 17
H834K8CCBR 1613866-4 17
H834KBAAR 1613867-5 17
H834KBCBR 1613867-6 17
H834KBDBR 1613867-1 17
H834KBYBR 1613867-2 17
H834KBYDR 1613867-3 17
H834R8BDBR 1613868-1 17
H834RBDBR 1613869-1 17
H8350RBDBR 1-1613869-0 17
H8357KBYBR 1613870-1 17
H8357KFYBR 1613870-2 17
H8357RBYBR 1613871-1 17
H8357RDCBR 1613871-2 17
H835K02BYB 1613873-2 17
H835K7BCBR 1613872-1 17
H835K7BDBR 1613872-4 17
H835K7BYBR 1613872-2 17
H835K7BYDR 1613872-3 17
H835KBCBR 1613873-1 17
H8360KBDBR 1613874-1 17
H8360KBDDR 1613874-2 17
H8360KBYBR 1613874-4 17
H8360KCDBR 1613874-3 17
H8360RBDBR 1613875-1 17
H8360RDZBR 1613875-3 17
H8360RFYBR 1613875-2 17
H8365KBDBR 1613876-1 17
H8365KBYBR 1613876-2 17
H8365RBDBR 1613877-1 17
H8365RBYBR 1613877-2 17
H8365RCYBR 1613877-3 17
H8365RFDBR 1613877-4 17
H836K23BYBR 1613878-1 17
H836K5BDBR 1613879-1 17
H836K5BYDR 1613879-2 17
H836K5FCBR 1613879-3 17
H836KBAAR 1613880-1 17
H836KBYBR 1613880-2 17
H836KDYBR 1613880-4 17
H836KDZBR 1613880-5 17
H836KFCBR 1613880-6 17
H836KFYBR 1613880-7 17
H836R5BDAR 1613881-2 17
H836RDZBR 1613882-3 17
H836RFCBR 1613882-1 17
H836RFYAR 1613882-2 17
H8374KBDBR 1613883-1 17
H8374RBYBR 1613884-1 17
H8374RCCBR 1613884-2 17
H8374RDCBR 1613884-3 17
H8376K4BCBR 5-1613884-0 17
H837K4BDBR 1613885-1 17
H837K4BYBR 1613885-2 17
H837K4BYDR 1613885-3 17
H837K4DCBR 1613885-4 17
H837K85BYBR 1613886-1 17
H837R4BDBR 1613887-1 17
H837R5BCBR 1613888-1 17
H8383KBDBR 1613889-1 17
H8383KCDBR 1613889-2 17
H8383KFYBR 1613889-3 17
H8383RBDBR 1613890-1 17
H8383RBYBR 1613890-2 17
H838K3BAAR 1613891-6 17
H838K3BDBR 1613891-1 17
H838K3BYBR 1613891-2 17
H838K3BYDR 1613891-3 17
H838K3DCBR 1613891-4 17
H838K3FCBR 1613891-5 17
H838KCCBR 1613892-1 17
H838R3BDAR 1613893-2 17
H8390KBCBR 1613894-1 17
H8390KBDBR 1613894-7 17
H8390KBYBR 1613894-2 17
H8390KDCBR 1613894-3 17
H8390KDCDR 1613894-4 17
H8390KDZBR 1613894-5 17
H8390KFDBR 1613894-6 17
H8390RBDBR 1613895-1 17
H8390RBYBR 1613895-6 17
H8390RBZBR 1613895-2 17
H8390RDCBR 1613895-3 17
H8390RDCDR 1613895-7 17
H8390RDZBR 1613895-4 17
H8390RFYBR 1613895-5 17
H8392KBDBR 1613896-3 17
H8392KDCBR 1613896-2 17

H8392KFCBR 1613896-1 17
H8392RBDBR 1613897-1 17
H8392RBYBR 1613897-2 17
H8395K42BYBR 1613898-1 17
H8398R4BCBR 1613899-1 17
H839K2BDBR 1613900-1 17
H839K2BDDR 1613900-2 17
H839K2BYBR 1613900-3 17
H839K2BYDR 1613900-4 17
H839K5BYBR 1613901-1 17
H839K8BYBR 1613902-1 17
H839KBDBR 1613903-1 17
H839KBYBR 1613903-3 17
H839KBZBR 1613903-5 17
H839KCDBR 1-1613903-1 17
H839KDCBR 1613903-6 17
H839KDZBR 1613903-7 17
H839KFCBR 1613903-8 17
H839KFYBR 1-1613903-0 17
H839R2BDBR 1613904-1 17
H839R2BYAR 1613904-2 17
H839RBDAR 1613905-4 17
H839RBYAR 1613905-1 17
H839RDZBR 1613905-2 17
H839RFYAR 1613905-3 17
H83K019BZBR 1613906-1 17
H83K01BDBR 1613907-1 17
H83K01BYBR 1613907-2 17
H83K01CCBR 1613907-3 17
H83K01DYBR 1613907-4 17
H83K01FCBR 1613907-5 17
H83K01FYBR 1613907-7 17
H83K09BDBR 1613908-1 17
H83K09BYBR 1613908-2 17
H83K0BCBR 1-1613909-1 17
H83K0BDBR 1613909-1 17
H83K0BYBR 1613909-2 17
H83K0DCBR 1613909-4 17
H83K0DZBR 1-1613909-0 17
H83K0FAAR 1613909-5 17
H83K0FCBR 1613909-6 17
H83K0FDBR 1613909-7 17
H83K0FYBR 1613909-9 17
H83K16BDBR 1613910-1 17
H83K16BYBR 1613910-2 17
H83K16DCBR 1613910-4 17
H83K16DYBR 1613910-3 17
H83K19BYBR 1613911-1 17
H83K1BYBR 1613912-1 17
H83K23BYBR 1613913-5 17
H83K24BCBR 1613913-4 17
H83K24BYBR 1613913-1 17
H83K24FCBR 1613913-2 17
H83K24FYBR 1613913-3 17
H83K32BDBR 1613914-1 17
H83K32BDDR 1613914-9 17
H83K32BYBR 1613914-2 17
H83K32DCBR 1613914-3 17
H83K32DZBR 1613914-4 17
H83K32FCCR 1613914-8 17
H83K32FDBR 1-1613914-0 17
H83K32FYBR 1613914-6 17
H83K344BZBR 1613915-1 17
H83K3BDBR 1613916-1 17
H83K3BYBR 1613916-2 17
H83K3CDBR 1-1613916-3 17
H83K3CYBR 1613916-4 17
H83K3DCBR 1613916-5 17
H83K3DCDR 1613916-6 17
H83K3DDBR 1613916-7 17
H83K3DZBR 1-1613916-2 17
H83K3FDBR 1613916-8 17
H83K3FYBR 1-1613916-0 17
H83K46BCBR 1613917-1 17
H83K48BDBR 1613918-1 17
H83K48BYBR 1613918-2 17
H83K4BDBR 1613919-1 17
H83K4BYBR 1613919-2 17
H83K4DCBR 1613919-3 17
H83K57BDBR 1613920-1 17
H83K57BYBR 1613920-2 17
H83K57FDBR 1613920-3 17
H83K61BYBR 1613921-1 17
H83K65BYBR 1613922-1 17
H83K65FCBR 1613922-2 17
H83K6BAAR 1613923-1 17
H83K6BCBR 1613923-2 17
H83K6BDBR 1613923-3 17
H83K6BYBR 1613923-4 17
H83K6BYDR 1613923-6 17
H83K6DCBR 1613923-7 17
H83K6DYBR 1613923-8 17

H83K6DZBR 1613923-9 17
H83K6FYBR 1-1613923-1 17
H83K6FYDR 1-1613923-2 17
H83K74BDBR 1613924-1 17
H83K74BYBR 1613924-2 17
H83K74FYBR 1613924-4 17
H83K7BAAR 1613925-1 17
H83K83BDBR 1613926-1 17
H83K83BYBR 1613926-2 17
H83K83BYDR 1613926-5 17
H83K83FCBR 1613926-4 17
H83K8BCBR 1613927-1 17
H83K8BYBR 1613927-2 17
H83K92BDBR 1613928-1 17
H83K92BDDR 1613928-2 17
H83K92BYBR 1613928-3 17
H83K92DCBR 1613928-4 17
H83K97BYBR 1613929-1 17
H83K9BDBR 1613930-1 17
H83K9BYBR 1613930-2 17
H83K9DDBR 1613930-3 17
H83K9DZBR 1613930-4 17
H83K9FAAR 1613930-5 17
H83K9FYBR 1613930-6 17
H83M1FCAR 1613931-1 17
H83M32FCAR 1613932-1 17
H83M3DCAR 1613933-3 17
H83M3FCAR 1613933-1 17
H83M57FCAR 1613934-1 17
H83M92FCAR 1613935-1 17
H83M9DCAR 1613936-1 17
H83R09FCAR 1613937-1 17
H83R16FCAR 1613938-1 17
H83R32FCAR 1613939-1 17
H83R74FCAR 1613940-1 17
H83R92FCAR 1613941-1 17
H83R9FAAR 1613941-5 17
H8400KDCBR 1-1613941-0 17
H8400RBCBR 1613942-3 17
H8400RBDBR 1613942-1 17
H8400RDZBR 1613942-2 17
H8402KBDBR 1613943-1 17
H8402KDCBR 1613943-2 17
H8402RBDBR 1613944-1 17
H8402RBYBR 1613944-2 17
H8402RDCBR 1613944-3 17
H8402RDYBR 1613944-4 17
H8402RFAAR 1613944-5 17
H8402RFCBR 1613944-6 17
H8402RFDBR 1613944-7 17
H840K2BDBR 1613945-1 17
H840K2BYBR 1613945-2 17
H840K2BYDR 1613945-3 17
H840K2DCBR 1613945-4 17
H840K2FDBR 1613945-5 17
H840KBCBR 1613946-1 17
H840KBDBR 1613946-2 17
H840KBYBR 1613946-3 17
H840KBZBR 1613946-5 17
H840KCDBR 1613946-6 17
H840KDCBR 1613946-4 17
H840R2BDBR 1613947-1 17
H840R2BYAR 1613947-2 17
H840R2DYAR 1613947-3 17
H840RCDBR 1-1613947-0 17
H8412KBDBR 1613948-1 17
H8412KFCBR 1613948-2 17
H8412RBDBR 1613949-1 17
H8412RBYBR 1613949-2 17
H8412RFCBR 1613949-3 17
H8412RFYBR 1613949-4 17
H8417RAYAR 1613950-1 17
H841K2BDBR 1613951-1 17
H841K2BYBR 1613951-3 17
H841K2FDBR 1613951-4 17
H841K2FYBR 1613951-2 17
H841K69BYBR 1613952-1 17
H841R2BCBR 1613952-5 17
H8422KDDBR 1-1613952-0 17
H8422RBYBR 1613953-1 17
H8422RDCBR 1613953-2 17
H842K2BDBR 1613954-1 17
H842K2BYBR 1613954-2 17
H842K2BYDR 1613954-4 17
H842KBAAR 1613955-1 17
H842R2BDBR 1613956-1 17
H8430KBYBR 1613957-1 17
H8430KFYBR 1613957-2 17
H8430KFYDR 1613957-3 17
H8430RBYBR 1613958-3 17
H8430RDZBR 1613958-1 17
H8430RFYBR 1613958-2 17

H8432KBYBR 2-1613958-0 17
H8432RBDBR 1613959-1 17
H8432RBYBR 1613959-2 17
H843K2BAAR 1613960-4 17
H843K2BDBR 1613960-1 17
H843K2BYBR 1613960-2 17
H843K2BYDR 1613960-3 17
H843K6BCBR 1-1613960-0 17
H843KBAAR 1613961-1 17
H843KBDBR 1613961-2 17
H843KBYBR 1613961-3 17
H843KDZBR 1613961-6 17
H843KFDBR 1613961-4 17
H843KFYBR 1613961-5 17
H843R2BDBR 1613962-1 17
H843RDZBR 1613963-2 17
H843RFYAR 1613963-1 17
H8442KBDBR 1613964-1 17
H8442RBCBR 1613965-1 17
H8442RBDBR 1613965-2 17
H8442RBYBR 1613965-3 17
H8442RFDBR 1613965-4 17
H8443K1BCBR 1613966-1 17
H844K2BDBR 1613967-1 17
H844K2BYBR 1613967-2 17
H844K2BYDR 1613967-3 17
H844R2FCBR 1613968-1 17
H8453KFDBR 1613969-1 17
H8453RBDBR 1613970-1 17
H8453RBYBR 1613970-2 17
H8453RBYDR 1613970-3 17
H8453RDCBR 1613970-4 17
H845K31BCBR 1613971-1 17
H845K3BDBR 1613972-1 17
H845K3BYBR 1613972-2 17
H845K3BYDR 1613972-3 17
H845KBDBR 1613973-1 17
H845R3BDBR 1-1613973-0 17
H845R5BCBR 1613974-1 17
H8460K2BCBR 1613975-1 17
H8464KBDBR 1613976-3 17
H8464KCCBR 1613976-1 17
H8464KDCBR 1613976-2 17
H8464RBYBR 1613977-1 17
H8464RBZBR 1613977-2 17
H8464RDZBR 1613977-3 17
H846K13BYBR 1613978-1 17
H846K4BDBR 1613979-1 17
H846K4BYBR 1613979-2 17
H846K4BYDR 1613979-3 17
H846K4DCBR 1613979-4 17
H846R9BYBR 1613981-1 17
H8470KBYBR 1613982-1 17
H8470KBZBR 1613982-5 17
H8470KDCBR 1613982-2 17
H8470KFDBR 1613982-3 17
H8470RBDBR 1-1613983-1 17
H8470RBYBR 1613983-1 17
H8470RBYDR 1613983-3 17
H8470RCDBR 1-1613983-0 17
H8470RDCBR 1613983-4 17
H8470RDCDR 1613983-9 17
H8470RDZBR 1613983-5 17
H8470RFYBR 1613983-7 17
H8475KBDBR 1613984-4 17
H8475KDCBR 1613984-1 17
H8475KDYBR 1613984-2 17
H8475KFCBR 1613984-3 17
H8475RBDBR 1613985-1 17
H8475RBYBR 1613985-2 17
H8475RDCBR 1613985-3 17
H8475RFDBR 1613985-5 17
H847K5BAAR 1613986-7 17
H847K5BDBR 1613986-1 17
H847K5BDDR 1613986-2 17
H847K5BYBR 1613986-3 17
H847K5BYDR 1613986-4 17
H847K5DCBR 1613986-5 17
H847K5DDBR 1613986-8 17
H847KBAAR 1613987-9 17
H847KBYBR 1613987-1 17
H847KDDBR 1613987-3 17
H847KDZBR 1613987-4 17
H847KFCBR 1613987-5 17
H847KFDBR 1613987-6 17
H847KFYBR 1-1613987-0 17
H847R5BDBR 1613988-1 17
H847R5BYAR 1613988-2 17
H847R5DCBR 1613988-3 17
H847R5FCBR 1613988-4 17
H847RBYAR 1613989-1 17
H847RCCBR 1613989-6 17

* Please contact your Sales Representative for parts not listed
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H847RDCBR 1613989-2 17
H847RDCDR 1613989-3 17
H847RDZBR 1613989-4 17
H847RFYAR 1613989-5 17
H8486K2BCBR 1613990-1 17
H8487KDCBR 1613991-1 17
H8487KDDBR 1613991-3 17
H8487KFCBR 1613991-2 17
H8487RBDBR 1613992-4 17
H8487RBYBR 1613992-1 17
H8487RFDBR 1613992-2 17
H848K7BDBR 1613993-1 17
H848K7BYBR 1613993-2 17
H848K7BYDR 1613993-3 17
H848K7DCBR 1613993-4 17
H848K7FCBR 1613993-5 17
H848R7BDAR 2-1613993-0 17
H8490KBZBR 1613994-1 17
H8499KBCBR 1613995-1 17
H8499KBDBR 1613995-2 17
H8499KBZBR 1613995-3 17
H8499KDCBR 1613995-4 17
H8499RBCBR 1613996-1 17
H8499RBDBR 1613996-2 17
H8499RBYBR 1613996-3 17
H8499RDCBR 1613996-5 17
H8499RFCBR 1613996-6 17
H8499RFYBR 1613996-7 17
H849K9BAAR 1613997-1 17
H849K9BDBR 1613997-2 17
H849K9BYBR 1613997-3 17
H849K9BYDR 1613997-5 17
H849K9DCBR 1613997-6 17
H849K9DDBR 1613997-7 17
H849K9FYBR 1613997-8 17
H849R9BDBR 1613998-1 17
H849R9BYBR 1613998-2 17
H849R9BYDR 1613998-3 17
H849R9DCAR 1613998-4 17
H849R9FAAR 1613998-5 17
H849R9FCBR 1613998-6 17
H849R9FDAR 1613998-7 17
H84K02BDBR 1613999-1 17
H84K02BYBR 1613999-2 17
H84K02DCBR 1613999-3 17
H84K02FCBR 1613999-4 17
H84K08FYBR 1614000-1 17
H84K0BBAR 1614001-4 17
H84K0BCBR 1614001-3 17
H84K0BDBR 1614001-1 17
H84K0BYBR 1614001-2 17
H84K12BCBR 1614002-1 17
H84K12BDBR 1614002-2 17
H84K12BYBR 1614002-3 17
H84K12DYBR 1614002-5 17
H84K1DZBR 1614003-1 17
H84K22BDBR 1614004-1 17
H84K22BYBR 1614004-2 17
H84K22CDBR 1614004-3 17
H84K22DCBR 1614004-4 17
H84K32BDBR 1614005-1 17
H84K32BYBR 1614005-2 17
H84K32DCBR 1614005-3 17
H84K32FDBR 1614005-4 17
H84K35BDBR 1614006-1 17
H84K3BYBR 1614007-1 17
H84K3DDBR 1614007-2 17
H84K3DZBR 1614007-3 17
H84K3FCBR 1614007-4 17
H84K3FYBR 1614007-5 17
H84K42BDBR 1614008-1 17
H84K42BYBR 1614008-2 17
H84K42BYDR 1614008-3 17
H84K42DYBR 1614008-4 17
H84K42FDBR 1614008-5 17
H84K4BYBR 1614009-1 17
H84K53BDBR 1614010-1 17
H84K53BYBR 1614010-2 17
H84K64BDBR 1614011-1 17
H84K64BYBR 1614011-2 17
H84K64DCBR 1614011-3 17
H84K75BDBR 1614012-1 17
H84K75BYBR 1614012-2 17
H84K75DCBR 1614012-3 17
H84K75DYBR 1614012-4 17
H84K7BCBR 1614013-1 17
H84K7BDBR 1614013-2 17
H84K7BYBR 1614013-3 17
H84K7DBAR 1-1614013-2 17
H84K7DCBR 1614013-5 17
H84K7DZBR 1614013-6 17
H84K7FDBR 1614013-7 17

H84K7FYBR 1614013-9 17
H84K7FYDR 1-1614013-0 17
H84K87BDBR 1614014-1 17
H84K87BYBR 1614014-2 17
H84K87BYDR 1614014-3 17
H84K87DCBR 1614014-4 17
H84K87FDBR 1614014-5 17
H84K95BCBR 1614015-1 17
H84K99BCBR 1614016-1 17
H84K99BDBR 1614016-2 17
H84K99BYBR 1614016-3 17
H84K99BYDR 1614016-4 17
H84K99CCBR 1614016-5 17
H84K99DCBR 1614016-6 17
H84K99FDBR 1614016-8 17
H84K99FYBR 1614016-7 17
H84K9BYBR 1614017-1 17
H84R3DZAR 1614019-1 17
H84R3FYAR 1614019-2 17
H84R42BYAR 1614020-2 17
H84R42FCAR 1614020-1 17
H84R53FCAR 1614021-1 17
H84R75FCAR 1614022-1 17
H84R99FCAR 1614023-1 17
H84R99FYAR 1614023-2 17
H8500KBDBR 1614024-1 17
H8500KBYBR 1614024-4 17
H8500KCDBR 1614024-2 17
H8500KFAAR 1614024-3 17
H8500RBCBR 1614025-1 17
H8500RBDBR 1614025-2 17
H8500RBYBR 1614025-3 17
H8500RCCBR 1614025-6 17
H8500RFAAR 1614025-4 17
H8508RAYAR 1-1614025-0 17
H850KAAAR 1614026-1 17
H850KADAR 1614026-2 17
H850KBCBR 1614026-3 17
H850KBDBR 1614026-4 17
H850KBYBR 1614026-5 17
H850KCCBR 1614026-6 17
H850KCDBR 1614026-8 17
H850KDCBR 1614026-7 17
H850R39BCBR 1614027-1 17
H850RBCBR 1614028-1 17
H850RBDBR 1614028-5 17
H850RBYBR 1614028-2 17
H850RDCBR 1614028-3 17
H8510KBDDR 1614029-2 17
H8510KBYBR 1614029-3 17
H8510KFDBR 1614029-5 17
H8510KFYBR 1614029-6 17
H8510RBYBR 1614030-1 17
H8510RDCBR 1614030-4 17
H8510RDZBR 1614030-2 17
H8510RFYBR 1614030-3 17
H8511KBDBR 1614031-1 17
H8511KDCBR 1614031-3 17
H8511KDDBR 1614031-5 17
H8511KFCBR 1614031-4 17
H8511RBDBR 1614032-1 17
H8511RBYBR 1614032-2 17
H8511RDCBR 1614032-3 17
H8511RFCBR 1614032-4 17
H851K1BCBR 1614033-1 17
H851K1BDBR 1614033-2 17
H851K1BYBR 1614033-3 17
H851K1BYDR 1614033-4 17
H851K1DCBR 1614033-5 17
H851K1FCBR 1614033-6 17
H851KBDBR 1614034-1 17
H851KBYBR 1614034-2 17
H851KDYBR 1614034-4 17
H851KDZBR 1614034-5 17
H851KFDBR 1614034-6 17
H851KFYBR 1614034-8 17
H851KFYDR 1614034-9 17
H851R1BDBR 1614035-1 17
H851R1BYBR 1614035-2 17
H851R1FCBR 1614035-3 17
H851RBYBR 1614036-1 17
H851RDYBR 1614036-2 17
H851RDZBR 1614036-6 17
H851RFYBR 1614036-4 17
H8523KBDBR 1614037-1 17
H8523KDCBR 1614037-2 17
H8523KFCBR 1614037-3 17
H8523RBDBR 1614038-1 17
H8523RBYBR 1614038-2 17
H8523RDCBR 1614038-3 17
H8526R3BYBR 1614039-1 17
H852K3BDBR 1614040-1 17

H852K3BYBR 1614040-2 17
H852K3BYDR 1614040-3 17
H852K3DCBR 1614040-4 17
H852R3BDBR 1614041-2 17
H852R3BYBR 1614041-1 17
H8536KBDBR 1614042-1 17
H8536KDCBR 1614042-2 17
H8536KDDBR 1614042-3 17
H8536RBDBR 1614043-1 17
H8536RBYBR 1614043-3 17
H8536RFCBR 1614043-2 17
H853K33BYBR 1614044-1 17
H853K6BDBR 1614045-1 17
H853K6BYBR 1614045-2 17
H853K6BYDR 1614045-3 17
H853R6BDBR 1614046-1 17
H8540RBYBR 1614047-1 17
H8549KBDBR 1614048-1 17
H8549KDCBR 1614048-2 17
H8549KFCBR 1614048-3 17
H8549RBDBR 1614049-1 17
H8549RBYBR 1614049-2 17
H854K6DCBR 1614050-1 17
H854K9BYBR 1614051-1 17
H854K9BYDR 1614051-3 17
H854K9DCBR 1614051-4 17
H854R9BDBR 1614052-3 17
H854R9BYBR 1614052-1 17
H854R9FCBR 1614052-2 17
H855K6DCBR 1614053-1 17
H855R5BDBR 1614054-1 17
H855RBCBR 1-1614054-0 17
H8560KBYBR 1614055-1 17
H8560KBZBR 1614055-2 17
H8560RBDBR 1-1614056-1 17
H8560RBYBR 1614056-2 17
H8560RBYDR 1614056-3 17
H8560RDCBR 1614056-4 17
H8560RDCDR 1-1614056-0 17
H8560RDZBR 1614056-5 17
H8560RFBAR 1614056-6 17
H8560RFDBR 1614056-7 17
H8560RFYBR 1614056-8 17
H8562KBDBR 1614057-1 17
H8562KBDDR 1614057-2 17
H8562KDZBR 1614057-3 17
H8562KFCBR 1614057-4 17
H8562RBDBR 1614058-1 17
H8562RBYBR 1614058-2 17
H8562RDCBR 1614058-3 17
H8562RFDBR 1614058-4 17
H856K07BYBR 1614059-1 17
H856K2BAAR 1614060-1 17
H856K2BDBR 1614060-2 17
H856K2BDDR 1614060-3 17
H856K2BYBR 1614060-4 17
H856K2BYDR 1614060-5 17
H856KBDBR 1614061-7 17
H856KBYBR 1614061-1 17
H856KDCBR 1614061-3 17
H856KDZBR 1614061-4 17
H856KFDBR 1614061-5 17
H856KFYBR 1614061-6 17
H856R2BDBR 1614062-1 17
H856R2BYBR 1614062-2 17
H856R7BCBR 1614063-1 17
H856RBYAR 1614063-2 17
H856RCDBR 1614063-3 17
H856RDZBR 1614064-1 17
H856RFYBR 1614064-2 17
H8576KDYBR 1614065-1 17
H8576RBDBR 1614066-1 17
H8576RBYBR 1614066-2 17
H8576RDCBR 1614066-3 17
H857K553BAAR 1614067-1 17
H857K6BDBR 1614068-1 17
H857K6BYBR 1614068-2 17
H857K6BYDR 1614068-3 17
H857R6BDBR 1614069-1 17
H857R6BYBR 1614069-2 17
H8584K1BCBR 1614070-1 17
H8590KBYBR 1614071-1 17
H8590KFCBR 1614071-3 17
H8590RBDBR 1614072-1 17
H8590RBYBR 1614072-2 17
H8590RDCBR 1614072-3 17
H859KBDBR 1614073-1 17
H859KBYBR 1614073-2 17
H859KBYDR 1614073-4 17
H859KCDBR 1614073-5 17
H859RBYBR 1614074-1 17
H85K02BDBR 1-1614075-0 17

H85K0BCBR 1614075-1 17
H85K0BDBR 1614075-2 17
H85K0BYBR 1614075-3 17
H85K0DCBR 1614075-4 17
H85K11BCBR 1614076-1 17
H85K11BDBR 1614076-2 17
H85K11BYBR 1614076-3 17
H85K11BYDR 1614076-4 17
H85K11DCBR 1614076-5 17
H85K11FCBR 1614076-6 17
H85K11FDBR 1614076-7 17
H85K1BDDR 1614077-1 17
H85K1BYBR 1614077-2 17
H85K1BYDR 1614077-4 17
H85K1DBAR 1-1614077-0 17
H85K1DZBR 1-1614077-1 17
H85K1FDBR 1614077-5 17
H85K1FYBR 1614077-7 17
H85K1FYDR 1614077-8 17
H85K23BDBR 1614078-1 17
H85K23BYBR 1614078-3 17
H85K23CDBR 1614078-4 17
H85K23FCBR 1614078-5 17
H85K23FDBR 1614078-6 17
H85K36BYBR 1614079-1 17
H85K36FCBR 1614079-2 17
H85K36FDBR 1614079-4 17
H85K36FYBR 1614079-3 17
H85K42BYBR 1614080-1 17
H85K49BCBR 1614081-3 17
H85K49BDBR 1614081-1 17
H85K49BYBR 1614081-2 17
H85K49FDBR 1614081-4 17
H85K5DZBR 1614082-1 17
H85K62BDBR 1614083-1 17
H85K62BDDR 1614083-2 17
H85K62BYBR 1614083-3 17
H85K62DCBR 1614083-4 17
H85K62DYBR 1614083-5 17
H85K62DZBR 1614083-6 17
H85K62FDBR 1614083-7 17
H85K6BDBR 1614084-1 17
H85K6BDDR 1-1614084-1 17
H85K6BYBR 1614084-2 17
H85K6BYDR 1614084-4 17
H85K6DCBR 1614084-5 17
H85K6DZBR 1614084-6 17
H85K6FDBR 1614084-7 17
H85K6FYBR 1614084-9 17
H85K6FYDR 1-1614084-2 17
H85K76BDBR 1614085-1 17
H85K76BYBR 1614085-2 17
H85K76DCBR 1614085-3 17
H85K76FDBR 1614085-4 17
H85K8DCBR 1614086-1 17
H85K926BZBR 1614087-1 17
H85K93BYDR 1614087-3 17
H85K9BDBR 1614088-1 17
H85K9BYBR 1614088-2 17
H85K9DCBR 1614088-3 17
H85K9FDBR 1614088-4 17
H85R11FCAR 1614089-1 17
H85R23FCAR 1614090-1 17
H85R36FCAR 1614091-1 17
H85R49FCAR 1614092-1 17
H85R62BYAR 1614093-3 17
H85R62DCBR 1614093-1 17
H85R62FCAR 1614093-2 17
H85R76FCAR 1614094-1 17
H85R9FCAR 1614095-1 17
H8600KBYBR 1614096-2 17
H8600RDCBR 1614097-1 17
H8604KBDBR 1614098-1 17
H8604KBYBR 1614098-2 17
H8604KDCBR 1614098-4 17
H8604KFCBR 1614098-3 17
H8604RBDBR 1614099-1 17
H8604RBYBR 1614099-2 17
H8604RDCBR 1614099-4 17
H860K4BDBR 1614100-1 17
H860K4BYBR 1614100-2 17
H860K4BYDR 1614100-3 17
H860K4DCBR 1614100-4 17
H860K8BDBR 1614101-1 17
H860KBCBR 1614102-1 17
H860KBDBR 1614102-2 17
H860KFCBR 1614102-3 17
H860R4BDBR 1614103-1 17
H860R4BYBR 1614103-2 17
H860R4DCBR 1614103-3 17
H860RCDBR 1614103-4 17
H8619KBDBR 1614104-2 17

* Please contact your Sales Representative for parts not listed
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H8619KFCBR 1614104-1 17
H8619RBCBR 1614105-1 17
H8619RBDBR 1614105-2 17
H8619RBYBR 1614105-3 17
H8619RDCBR 1614105-5 17
H861K9BDBR 1614106-1 17
H861K9BYBR 1614106-2 17
H861K9DCBR 1614106-3 17
H861K9FCBR 1614106-4 17
H861R9BDBR 1614107-1 17
H861R9BYBR 1614107-2 17
H8620KBDBR 1614108-1 17
H8620KFDBR 1614108-2 17
H8620RBYBR 1614109-1 17
H8620RDZBR 1614109-3 17
H8620RFYBR 1614109-4 17
H8623KBCBR 1614110-1 17
H862K3BCBR 1614111-1 17
H862K8DCBR 1614112-1 17
H862K954BAAR 1614113-1 17
H862KBDBR 1-1614114-0 17
H862KBDDR 1614114-1 17
H862KBYBR 1614114-2 17
H862KBZBR 1614114-4 17
H862KCYBR 1-1614114-1 17
H862KDYBR 1614114-5 17
H862KDZBR 1614114-6 17
H862KFCBR 1614114-7 17
H862KFYBR 1614114-8 17
H862RBYBR 1614115-1 17
H862RDZBR 1614115-4 17
H862RFYBR 1614115-2 17
H8631RDZBR 1614116-1 17
H8634KBDBR 1614117-1 17
H8634RBDBR 1614118-1 17
H8634RBYBR 1614118-2 17
H863K4BDBR 1614119-1 17
H863K4BYBR 1614119-2 17
H863K4BYDR 1614119-3 17
H863KAYBR 1614121-1 17
H863R4BDBR 1614122-1 17
H863R4BYBR 1614122-2 17
H8640KBYBR 1614123-1 17
H8649KBDBR 1614124-1 17
H8649KDCBR 1614124-2 17
H8649KFCBR 1614124-3 17
H8649RBDBR 1614125-1 17
H8649RBYBR 1614125-2 17
H8649RDCBR 1614125-3 17
H8649RFCBR 1614125-4 17
H864K9BDBR 1614126-1 17
H864K9BYBR 1614126-2 17
H864K9BYDR 1614126-3 17
H864K9CCBR 1614126-4 17
H864K9FCBR 1614126-5 17
H864KBDBR 1614127-1 17
H864KDCBR 1614127-2 17
H864R9BDBR 1614128-1 17
H864R9BYBR 1614128-2 17
H8650RBYBR 1614128-3 17
H865K5BCBR 1614129-1 17
H8665KDCBR 1614130-1 17
H8665RBCBR 1614131-1 17
H8665RBDBR 1614131-2 17
H8665RBYBR 1614131-3 17
H8665RDCBR 1614131-4 17
H866K5BYBR 1614132-1 17
H866K5FYBR 1614132-2 17
H866K6BDBR 1614133-1 17
H866K75DCBR 1614134-1 17
H8680KBDBR 1614135-1 17
H8680KBYBR 1614135-2 17
H8680KDZBR 1614135-3 17
H8680RBCBR 1614136-1 17
H8680RBYBR 1614136-2 17
H8680RCDBR 1614136-8 17
H8680RDZBR 1614136-4 17
H8680RFYBR 1614136-6 17
H8681KBYBR 1614137-1 17
H8681RBDBR 1614138-1 17
H8681RBYBR 1614138-2 17
H8681RDCBR 1614138-3 17
H8681RFCBR 1614138-4 17
H8681RFDBR 1614138-5 17
H868K1BDBR 1614139-1 17
H868K1BYBR 1614139-2 17
H868K1BYDR 1614139-3 17
H868K1DCBR 1614139-4 17
H868K1FDBR 1614139-6 17
H868K1FYBR 1614139-5 17
H868KBAAR 1614140-1 17
H868KBDDR 1614140-2 17

H868KBYBR 1614140-3 17
H868KDCBR 1614140-4 17
H868KDZBR 1614140-5 17
H868KFDBR 1614140-6 17
H868KFYBR 1614140-8 17
H868R1BDBR 1614141-1 17
H868R1BYBR 1614141-2 17
H868R1DYBR 1614141-3 17
H868R1FCBR 1614141-4 17
H868RBYBR 1614142-1 17
H868RBZBR 1614142-2 17
H868RCDBR 1614142-6 17
H868RDZBR 1614142-3 17
H868RFYBR 1614142-4 17
H8698KBDBR 1614143-1 17
H8698RBCBR 1614144-1 17
H8698RBDBR 1614144-2 17
H8698RBYBR 1614144-3 17
H8698RFDBR 1614144-4 17
H869K8BDBR 1614145-1 17
H869K8BYBR 1614145-2 17
H869K8BYDR 1614145-3 17
H869R8BDBR 1614146-1 17
H869R8BYBR 1614146-2 17
H86K04BDBR 1614147-1 17
H86K04BYBR 1614147-2 17
H86K04CCBR 1614147-3 17
H86K04FDBR 1614147-4 17
H86K0BDBR 1614148-3 17
H86K0BYBR 1614148-1 17
H86K0CCBR 1614148-2 17
H86K0CDBR 1614148-4 17
H86K19BDBR 1614149-1 17
H86K19BYBR 1614149-2 17
H86K19FCBR 1614149-3 17
H86K19FDBR 1614149-4 17
H86K1BDBR 1-1614149-0 17
H86K26BDBR 1614150-2 17
H86K26BYBR 1614150-1 17
H86K2BCBR 1614151-1 17
H86K2BYBR 1614151-2 17
H86K2DZBR 1614151-5 17
H86K2FDBR 1614151-6 17
H86K2FYBR 1614151-8 17
H86K2FYDR 1614151-9 17
H86K34BDBR 1614152-1 17
H86K34BYBR 1614152-2 17
H86K34FDBR 1614152-3 17
H86K3DCBR 1614153-1 17
H86K49BDBR 1614154-1 17
H86K49BYBR 1614154-2 17
H86K49FCBR 1614154-4 17
H86K49FDBR 1614154-5 17
H86K4BCBR 1614155-1 17
H86K4BYBR 1614155-2 17
H86K65BCBR 1614156-1 17
H86K65BDBR 1614156-2 17
H86K65BYBR 1614156-4 17
H86K65FCBR 1614156-6 17
H86K65FDBR 1614156-8 17
H86K81BDBR 1614157-1 17
H86K81BDDR 1614157-2 17
H86K81BYBR 1614157-3 17
H86K81CDBR 1614157-4 17
H86K81DZBR 1614157-5 17
H86K81FCBR 1614157-7 17
H86K81FDBR 1614157-9 17
H86K81FYBR 1614157-8 17
H86K8BAAR 1-1614158-3 17
H86K8BDBR 1614158-1 17
H86K8BYBR 1614158-2 17
H86K8CDBR 1-1614158-4 17
H86K8DCBR 1614158-4 17
H86K8DDBR 1614158-5 17
H86K8DZBR 1614158-6 17
H86K8FAAR 1614158-7 17
H86K8FDBR 1614158-8 17
H86K8FYBR 1-1614158-0 17
H86K8FYDR 1-1614158-1 17
H86K92DCBR 1614159-1 17
H86K98BDBR 1614160-2 17
H86K98BYBR 1614160-1 17
H86K98BYDR 1614160-3 17
H86K98FDBR 1614160-4 17
H86R04FCAR 1614161-1 17
H86R19FCAR 1614162-1 17
H86R34FCAR 1614163-1 17
H86R49FCAR 1614164-1 17
H86R65FCAR 1614165-1 17
H86R81BYAR 1614166-2 17
H86R81FCAR 1614166-1 17
H86R98FCAR 1614167-1 17

H86R9DCAR 1614168-1 17
H8715KDCBR 1614170-1 17
H8715RBBAR 1614171-1 17
H8715RBDBR 1614171-2 17
H8715RBYBR 1614171-3 17
H8715RDCBR 1614171-4 17
H8715RFDBR 1614171-6 17
H871K5BDBR 1614172-1 17
H871K5BYDR 1614172-2 17
H871K5FCBR 1614172-3 17
H871R5BDBR 1614173-1 17
H871R5BYBR 1614173-2 17
H871R5FCBR 1614173-3 17
H8732KFCBR 1-1614173-0 17
H8732RBYBR 1614174-3 17
H8732RFCBR 1614174-1 17
H8732RFDBR 1614174-4 17
H873K114BAAR 1614175-1 17
H873K2BDBR 1614176-3 17
H873K2BYBR 1614176-1 17
H873K2BYDR 1614176-2 17
H873R2BDBR 1614177-1 17
H873R2BYBR 1614177-2 17
H874K4BDBR 1614178-1 17
H874K636BAAR 1614179-1 17
H8750KBDBR 1614180-1 17
H8750KDCBR 1614180-2 17
H8750KFCBR 1614180-3 17
H8750RBCBR 1614181-1 17
H8750RBDBR 1614181-2 17
H8750RBYBR 1614181-3 17
H8750RCCBR 1614181-4 17
H8750RDCBR 1614181-5 17
H8750RDZBR 1614181-6 17
H8750RFDBR 1614181-8 17
H8750RFYBR 1614181-7 17
H875K2BAAR 1614182-1 17
H875KBCBR 1614183-1 17
H875KBDBR 1614183-2 17
H875KBYBR 1614183-3 17
H875KBYDR 1614183-5 17
H875KBZBR 1614183-6 17
H875KCCBR 1614183-7 17
H875KDCBR 1614183-8 17
H875KDZBR 1-1614183-2 17
H875KFYBR 1-1614183-0 17
H875KFYDR 1614183-9 17
H875RBCBR 1614184-1 17
H875RBDBR 1614184-2 17
H875RBYBR 1614184-3 17
H875RBZBR 1614184-4 17
H875RDCBR 1614184-5 17
H875RDZBR 1614184-8 17
H875RFDBR 1614184-6 17
H875RFYBR 1614184-7 17
H8768KBDBR 1614185-1 17
H8768RBDBR 1-1614185-1 17
H8768RBYBR 1-1614185-0 17
H876K8BYBR 1614186-1 17
H876K8BYDR 1614186-2 17
H876R5BCBR 1614187-1 17
H876R8BDBR 1614188-1 17
H876R8BYBR 1614188-2 17
H8787RBDBR 1614189-1 17
H8787RBYBR 1614189-2 17
H8787RDCBR 1614189-3 17
H8787RFCBR 1614189-4 17
H8787RFDBR 1614189-5 17
H878K7BDBR 1614190-1 17
H878K7BYBR 1614190-2 17
H878K7DDBR 1614190-3 17
H878K7FCBR 1614190-4 17
H878R28BYBR 1614191-1 17
H878R7BDBR 1614192-1 17
H878R7BYBR 1614192-2 17
H878R7DCBR 1614192-3 17
H87K026BYBR 1614193-1 17
H87K15BDBR 1614194-1 17
H87K15BYBR 1614194-2 17
H87K15FCBR 1614194-3 17
H87K15FDBR 1614194-4 17
H87K1BYBR 1614195-1 17
H87K23BDBR 1614196-1 17
H87K32BDBR 1614197-1 17
H87K32BYBR 1614197-2 17
H87K56BYBR 1-1614198-1 17
H87K5BDBR 1614198-1 17
H87K5BDDR 1614198-2 17
H87K5BYBR 1614198-3 17
H87K5DCBR 1614198-5 17
H87K5DYBR 1614198-6 17
H87K5DZBR 1614198-7 17

H87K5FDBR 1614198-8 17
H87K5FYBR 1614198-9 17
H87K68BDBR 1614199-1 17
H87K68BYBR 1614199-4 17
H87K68FCBR 1614199-2 17
H87K87BCBR 1614200-1 17
H87K87BDBR 1614200-2 17
H87K87BYBR 1614200-3 17
H87K87DCBR 1614200-4 17
H87K87FCBR 1614200-5 17
H87K95BYBR 1614201-1 17
H87R15FCBR 1614202-1 17
H87R32FCAR 1614203-1 17
H87R5BYAR 2-1614203-0 17
H87R68FCAR 1614204-1 17
H87R7DCBR 1-1614204-0 17
H87R87FCAR 1614205-1 17
H8800KBYBR 1614206-1 17
H8800RBCBR 1-1614206-0 17
H8800RCDBR 1-1614206-1 17
H8806RBDBR 1614207-1 17
H8806RBYBR 1614207-2 17
H880K6BDBR 1614208-1 17
H880K6BYBR 1614208-2 17
H880K6BYDR 1614208-3 17
H880K6DCBR 1614208-4 17
H880K6FBAR 1614208-5 17
H880KCDBR 1614208-6 17
H880R6BDBR 1614209-1 17
H880R6BYBR 1614209-2 17
H8820KBYBR 1614210-1 17
H8820KFDBR 1614210-2 17
H8820RBYBR 1614210-4 17
H8820RCDBR 1614211-6 17
H8820RDZBR 1614211-2 17
H8820RFDBR 1614211-3 17
H8820RFYBR 1614211-4 17
H8825KBDBR 1614212-1 17
H8825RBDBR 1614213-1 17
H8825RBYBR 1614213-6 17
H8825RDCBR 1614213-2 17
H8825RDZBR 1614213-3 17
H8825RFDBR 1614213-4 17
H882K5BDBR 1614214-1 17
H882K5BYBR 1614214-2 17
H882K5FCBR 1614214-3 17
H882KBDBR 1614215-8 17
H882KBDDR 1614215-9 17
H882KBYBR 1614215-1 17
H882KBZBR 1614215-3 17
H882KDZBR 1614215-7 17
H882KFYBR 1614215-5 17
H882R1DCBR 1614216-1 17
H882R5BDBR 1614217-1 17
H882R5BYBR 1614217-2 17
H882R5FCBR 1614217-4 17
H882R5FYBR 1614217-5 17
H882RBCBR 1614218-1 17
H882RBYBR 1614218-2 17
H882RDZBR 1614218-3 17
H882RFYBR 1614218-4 17
H883KBCBR 1614219-1 17
H883R3BCBR 1614220-1 17
H8845KBDBR 1-1614221-0 17
H8845RBDBR 1614221-1 17
H8845RBYBR 1614221-2 17
H8845RFDBR 1614221-4 17
H884K123BAAR 1614222-1 17
H884K5BDBR 1614223-1 17
H884K5BYBR 1614223-3 17
H884K5BYDR 1614223-2 17
H884KBAAR 1614224-1 17
H884R5BYBR 1614225-1 17
H884R5BYDR 1614225-2 17
H8860RDCBR 1-1614225-0 17
H8866KBDBR 1614226-2 17
H8866KDCBR 1614226-1 17
H8866RBDBR 1614227-1 17
H8866RBYBR 1614227-2 17
H8866RDCBR 1614227-3 17
H8866RFCBR 1614227-4 17
H886K6BYBR 1614228-1 17
H886K6BYDR 1614228-2 17
H886K6FCBR 1614228-3 17
H886K719BAAR 1614229-1 17
H886R6FYBR 1614230-1 17
H886RBYBR 1614231-1 17
H8887KBDBR 1-1614232-0 17
H8887RBDBR 1614232-1 17
H8887RBYBR 1614232-2 17
H8887RFDBR 1614232-3 17
H888K7BDBR 1614233-1 17

* Please contact your Sales Representative for parts not listed
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H888K7BYBR 1614233-2 17
H888K7BYDR 1614233-3 17
H888K911BAAR 1614234-1 17
H888R7BYBR 1614235-1 17
H8890RFCBR 1614236-2 17
H8891RBCBR 1614236-1 17
H889K5BAAR 1614237-1 17
H88K06BDBR 1614238-1 17
H88K06BYBR 1614238-3 17
H88K06FCBR 1614238-4 17
H88K0BDBR 1614239-1 17
H88K0CDBR 1614239-3 17
H88K0FCBR 1614239-2 17
H88K25BDBR 1614240-1 17
H88K25BDDR 1614240-2 17
H88K25BYBR 1614240-3 17
H88K25BYDR 1614240-4 17
H88K25DDBR 1614240-5 17
H88K25FCBR 1614240-6 17
H88K25FDBR 1614240-7 17
H88K2BDBR 1614241-1 17
H88K2BDDR 1614241-2 17
H88K2BYBR 1614241-3 17
H88K2DZBR 1614241-8 17
H88K2FDBR 1614241-4 17
H88K2FYBR 1614241-6 17
H88K35BYBR 1614242-1 17
H88K38DCBR 1614242-2 17
H88K45BDBR 1614243-1 17
H88K45BYBR 1614243-2 17
H88K45DZBR 1614243-4 17
H88K45FCBR 1614243-5 17
H88K45FDBR 1614243-6 17
H88K66BDBR 1614244-3 17
H88K66BYBR 1614244-1 17
H88K66BZBR 1614244-2 17
H88K66FDBR 1614244-4 17
H88K6BYBR 1614245-1 17
H88K772BZBR 1614246-1 17
H88K87BDBR 1614247-1 17
H88K87BYBR 1614247-2 17
H88K98DCBR 1614248-1 17
H88R06FCAR 1614249-1 17
H88R25FCAR 1614250-1 17
H88R45FCBR 1614251-1 17
H88R66FCAR 1614252-1 17
H88R6DCAR 1614253-1 17
H88R6FCAR 1614253-2 17
H88R87FCAR 1614254-1 17
H8900RBDBR 1614255-1 17
H8900RBYBR 1614255-2 17
H8900RFCBR 1614255-3 17
H8909KBDBR 1614256-1 17
H8909KDCBR 1614256-2 17
H8909RBDBR 1614257-1 17
H8909RBYBR 1614257-2 17
H8909RDCBR 1614257-3 17
H8909RFYBR 1614257-4 17
H890K9BDBR 1614258-1 17
H890K9BYBR 1614258-2 17
H890K9BYDR 1614258-3 17
H890K9DCBR 1614258-4 17
H890K9FCBR 1614258-5 17
H890KBCBR 1614259-1 17
H890KBDBR 1614259-2 17
H890R9BCBR 1614260-1 17
H890R9BDBR 1614260-2 17
H890R9BYBR 1614260-3 17
H8910KBZBR 1614261-1 17
H8910KFDBR 1614261-2 17
H8910RBDBR 1614262-1 17
H8910RBYDR 1614262-2 17
H8910RDZBR 1614262-3 17
H8910RFYBR 1614262-4 17
H891K843BAAR 1614263-1 17
H891KBDBR 1614264-1 17
H891KBYBR 1614264-2 17
H891KDZBR 1614264-8 17
H891KFCBR 1614264-4 17
H891KFDBR 1614264-5 17
H891KFYDR 1614264-7 17
H891RFYBR 1614265-1 17
H8931RBDBR 1614266-1 17
H8931RBYBR 1614266-2 17
H8931RFDBR 1614266-3 17
H893K1BYBR 1614267-1 17
H893K1BYDR 1614267-3 17
H893R1BDBR 1614268-1 17
H893R1BYBR 1614268-2 17
H893R1BYDR 1614268-3 17
H893R1CCBR 1614268-4 17
H893R8BCBR 1614269-1 17

H8944K1BCBR 5-1614269-0 17
H894K2DCBR 1614270-1 17
H8953KDDBR 1-1614270-0 17
H8953RBCBR 1614271-1 17
H8953RBDBR 1614271-2 17
H8953RBYBR 1614271-3 17
H8953RFCBR 1614271-4 17
H895K3BDBR 1614272-1 17
H895K3BYBR 1614272-2 17
H895K3BYDR 1614272-3 17
H895K3DCBR 1614272-4 17
H895K3DYBR 1614272-5 17
H895K3FCBR 1614272-6 17
H895K6DCBR 1614273-1 17
H895R3BDBR 1614274-1 17
H895R3BYBR 1614274-2 17
H895R3FCBR 1614274-3 17
H896R21BYBR 1614275-1 17
H8976KBDBR 1614276-1 17
H8976KDCBR 1614276-2 17
H8976RBDBR 1614277-1 17
H8976RBYBR 1614277-2 17
H897K5BCBR 1614278-1 17
H897K6BDBR 1614279-1 17
H897K6BYBR 1614279-2 17
H897K6BYDR 1614279-3 17
H897K6DCBR 1614279-4 17
H897R12BDBR 1614280-1 17
H897R6BDBR 1614281-1 17
H897R6BYBR 1614281-2 17
H897R84BDBR 1614282-1 17
H898R43BDBR 1614283-1 17
H898R9BDBR 1614284-1 17
H8990KBYBR 1614285-1 17
H899KBDBR 1614285-2 17
H899R35BDBR 1614286-1 17
H899R66BDBR 1614287-1 17
H899R88BDBR 1614288-1 17
H89K09BCBR 1614289-1 17
H89K09BDBR 1614289-2 17
H89K09BYBR 1614289-3 17
H89K09BYDR 1614289-4 17
H89K09FCBR 1614289-5 17
H89K09FYBR 1614289-7 17
H89K0BCBR 1614290-1 17
H89K0BYBR 1614290-2 17
H89K1BCBR 1614291-1 17
H89K1BDBR 1614291-2 17
H89K1BYBR 1614291-3 17
H89K1DCBR 1-1614291-0 17
H89K1DZBR 1614291-5 17
H89K1FDBR 1614291-6 17
H89K1FYBR 1614291-9 17
H89K31BDBR 1614292-1 17
H89K31BYBR 1614292-2 17
H89K31FCBR 1614292-3 17
H89K53BDBR 1614293-1 17
H89K53BYBR 1614293-2 17
H89K53FCBR 1614293-3 17
H89K53FDBR 1614293-4 17
H89K5CDBR 1-1614293-0 17
H89K75BCBR 1614294-1 17
H89K76BDBR 1614295-1 17
H89K76BYBR 1614295-2 17
H89K86AYBR 2-1614295-0 17
H89K88BYBR 1614296-1 17
H89K90BCBR 1614297-1 17
H89K95BYBR 1614298-1 17
H89K97BYBR 1614299-1 17
H89K9BAAR 1614300-1 17
H89K9BCBR 1614300-2 17
H89R09FCAR 1614301-1 17
H89R0CCAR 1614302-1 17
H89R31FCAR 1614303-1 17
H89R53FCAR 1614304-1 17
H89R76BYAR 1614305-2 17
H89R76FCAR 1614305-1 17
H8N100RDCAR 1614306-1 17
H8N100RFYAR 1614306-2 17
H8N100RFZAR 1614306-3 17
H8N10RFYAR 1614307-1 17
H8N150RDYAR 1614308-1 17
H8N16R7FZAR 1614309-1 17
H8N1K0FYAR 1614310-1 17
H8N22RDZAR 1614311-1 17
H8N23R7DCAR 1614312-1 17
H8N247RFZAR 1614313-1 17
H8N360RFZAR 1614314-1 17
H8N50RFZAR 1614315-1 17
H8N61R1FZAR 1614316-1 17
H8N71R2FZAR 1614317-1 17
H8N71R5FZAR 1614318-1 17

H8N75RDYAR 1614319-1 17
H8N75RFCBR 1614319-2 17
H8N75RFZAR 1614319-3 17
H8N790RFZAR 1614320-1 17
H8N96R3FZAR 1-1614320-0 17
HB1100KFZRE 1625958-2 114
HB1100KZAE 1625958-1 114
HB1100MFZAE 1625958-3 114
HB1100MFZRE 1625958-4 114
HB110KFZRE 1625958-5 114
HB110KJZAE 1625958-6 114
HB110MFZAE 1625958-7 114
HB110MFZRE 1625958-8 114
HB1125MFZRE 1625958-9 114
HB115KFZRE 1-1625958-0 114
HB1160KFZRE 1-1625958-1 114
HB11G0FZRE 1-1625958-2 114
HB11G0GZAE 1-1625958-3 114
HB11M0FZAE 1-1625958-4 114
HB11M0FZRE 1-1625958-5 114
HB11M5GZRE 4-1625958-5 114
HB1200KFZRE 1-1625958-6 114
HB1200MFZRE 1-1625958-7 114
HB120KFZAE 4-1625958-1 114
HB120MFZRE 1-1625958-8 114
HB120MGZRE 1-1625958-9 114
HB122MFZRE 2-1625958-0 114
HB125MFZAE 2-1625958-1 114
HB125MFZRE 2-1625958-2 114
HB12M0FZRE 2-1625958-4 114
HB12M5FZRE 2-1625958-5 114
HB12M7GZRE 4-1625958-4 114
HB1300KFZRE 2-1625958-6 114
HB1300MFZRE 2-1625958-7 114
HB130MFZRS 2-1625958-8 114
HB13M0FZRE 2-1625958-9 114
HB13M3FZRE 4-1625958-7 114
HB1400MFZAS 3-1625958-0 114
HB1400MFZRE 3-1625958-1 114
HB1400MFZRS 3-1625958-2 114
HB1500KFZRE 3-1625958-3 114
HB1500MFZRE 3-1625958-4 114
HB1500MJZRE 4-1625958-3 114
HB150KFZRE 3-1625958-5 114
HB150KJZRE 3-1625958-6 114
HB150MFZRE 3-1625958-7 114
HB150MJZRE 4-1625958-2 114
HB15M0FZRE 3-1625958-8 114
HB15M0JZRE 3-1625958-9 114
HB16M8FZRE 4-1625958-0 114
HB3100KFZRE 1625959-1 114
HB3100MFZAE 1625959-2 114
HB3100MFZRE 1625959-3 114
HB3100MGZAE 1625959-4 114
HB3100MJZAE 1625959-5 114
HB310MFZRE 1625959-6 114
HB31G0FZRE 1625959-7 114
HB31M0FCRE 1625959-8 114
HB31M0FZRE 1625959-9 114
HB31M0JZAE 3-1625959-1 114
HB31M25JZRE 1-1625959-0 114
HB31M5FZRE 1-1625959-1 114
HB31M8JZAE 1-1625959-2 114
HB3200MJZAE 1-1625959-3 114
HB320MFZAE 1-1625959-4 114
HB320MFZRE 1-1625959-5 114
HB3250MFZRE 2-1625959-8 114
HB3250MFZRS 1-1625959-7 114
HB3250MJZRE 1-1625959-8 114
HB330MFZRE 1-1625959-9 114
HB330MJZRE 2-1625959-0 114
HB3330MFZRE 2-1625959-1 114
HB33M0FZRE 2-1625959-2 114
HB33M3FZRE 2-1625959-9 114
HB3500MFZRE 2-1625959-3 114
HB3500MJZRE 2-1625959-7 114
HB350MFZAE 2-1625959-4 114
HB350MFZRE 2-1625959-5 114
HB35M0FZRE 2-1625959-6 114
HB35M0JRZE 3-1625959-0 114
HBA100MFZRE 1625960-1 114
HBA100MJZRE 1625960-2 114
HBA10MFZRE 1625960-3 114
HBA15MFZRE 1625960-4 114
HBA22MFZRE 1625960-6 114
HBA22MJZRE 1625960-7 114
HBA33MFZRE 1625960-8 114
HBA47MFZRE 1625960-9 114
HBA47MJZRE 1-1625960-0 114
HBA68MFZRE 1-1625960-1 114
HBA82MFZRE 1-1625960-2 114
HDP-07-SC1 1625848-6 162

HDP-07-SC2 1625848-5 162
HL3AGR018FTDF 1625829-1 27
HL3AGR01FTDF 1625829-2 27
HL3AGR022FTDF 1625829-3 27
HL3AGR027FTDF 1625829-4 27
HL3AGR039FTDF 1625829-5 27
HL3AHR005FTDF 1625829-6 27
HL3AHR051FTDF 1625829-7 27
HMA3R015F 1625808-1 38
HPA10R01J 1625809-1 39
HPR55RLR01J 1625810-1 41
HPR5R015J 1625811-1 41
HPR5R01J 1625811-2 41
HPR5R022J 1625811-3 41
HPR5R033J 1625811-4 41
HPR5R047J 1625811-5 41
HPR5R051J 1625811-6 41
HPR5R068J 1625811-7 41
HPR5R10J 1625811-8 41
HPR5RSR47J 1625811-9 41
HSA10100RE 1625966-1 60
HSA10100RJ 1625966-2 60
HSA1010KJ 1625966-3 60
HSA1010RF 9-1625966-8 60
HSA1010RJ 1625966-4 60
HSA10120RJ 1625966-6 60
HSA1012KJ 9-1625966-2 60
HSA1012RJ 7-1625966-9 60
HSA10150RJ 1625966-8 60
HSA1015KE 9-1625966-1 60
HSA1015KJ 1625966-9 60
HSA1015RF 9-1625966-9 60
HSA1015RJ 1-1625966-0 60
HSA1017RE 1-1625966-2 60
HSA10180RJ 6-1625966-5 60
HSA1018RJ 1-1625966-3 60
HSA101K0J 8-1625966-4 60
HSA101K3J 9-1625966-4 60
HSA101K5J 6-1625966-4 60
HSA101R0F 1-1625966-5 60
HSA101R0J 7-1625966-7 60
HSA101R2J 1-1625966-6 60
HSA101R5J 1-1625966-7 60
HSA101R8F 7-1625966-2 60
HSA10200RJ 1-1625966-8 60
HSA1020RF 1676965-1 60
HSA1020RJ 9-1625966-6 60
HSA10220RE 2-1625966-0 60
HSA10220RJ 8-1625966-3 60
HSA1022RJ 2-1625966-1 60
HSA1027RJ 2-1625966-2 60
HSA102K2J 8-1625966-5 60
HSA102R0J 7-1625966-8 60
HSA102R2J 2-1625966-4 60
HSA102R7J 2-1625966-7 60
HSA1030RJ 2-1625966-8 60
HSA10330RJ 2-1625966-9 60
HSA1033RJ 9-1625966-5 60
HSA10390RJ 6-1625966-1 60
HSA1039RJ 3-1625966-1 60
HSA103K3J 8-1625966-6 60
HSA103K6F 7-1625966-0 60
HSA103R3J 6-1625966-9 60
HSA103R9E 3-1625966-4 60
HSA103R9J 3-1625966-5 60
HSA10470RJ 6-1625966-2 60
HSA1047RJ 8-1625966-0 60
HSA104K7J 8-1625966-7 60
HSA104R7J 3-1625966-8 60
HSA1050RJ 8-1625966-1 60
HSA10560RF 9-1625966-0 60
HSA10560RJ 6-1625966-6 60
HSA1056RJ 7-1625966-3 60
HSA105K6J 8-1625966-8 60
HSA105R0J 3-1625966-9 60
HSA105R6J 4-1625966-0 60
HSA10620RJ 6-1625966-7 60
HSA1062RJ 4-1625966-2 60
HSA10680RJ 6-1625966-8 60
HSA1068RJ 4-1625966-3 60
HSA106K8J 8-1625966-9 60
HSA106R8J 4-1625966-5 60
HSA1075RJ 8-1625966-2 60
HSA10820RJ 4-1625966-6 60
HSA1090R9J 4-1625966-7 60
HSA10R05E 4-1625966-9 60
HSA10R05J 6-1625966-0 60
HSA10R10E 5-1625966-1 60
HSA10R10J 5-1625966-2 60
HSA10R15J 7-1625966-1 60
HSA10R20F 5-1625966-3 60
HSA10R20J 5-1625966-4 60

* Please contact your Sales Representative for parts not listed
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HSA10R22J 7-1625966-4 60
HSA10R33J 5-1625966-6 60
HSA10R39J 5-1625966-7 60
HSA10R47F 9-1625966-7 60
HSA10R47J 7-1625966-5 60
HSA10R50J 7-1625966-6 60
HSA10R62J 9-1625966-3 60
HSA10R68K 5-1625966-9 60
HSA25100RE 1625971-1 60
HSA25100RJ 1625971-2 60
HSA2510KE 9-1625971-7 60
HSA2510KJ 1625971-3 60
HSA2510RE 1625971-4 60
HSA2510RF 1-1676625-6 60
HSA2510RJ 1625971-5 60
HSA25120RJ 1625971-7 60
HSA2512RJ 9-1625971-3 60
HSA2513R5F 1625971-8 60
HSA25150RE 1-1676625-3 60
HSA25150RJ 1676625-2 60
HSA2515KE 8-1625971-8 60
HSA2515RF 1-1676625-7 60
HSA2515RJ 1625971-9 60
HSA25180RJ 1-1625971-1 60
HSA2518RJ 1-1625971-3 60
HSA251K0J 1-1625971-4 60
HSA251K2J 1-1625971-5 60
HSA251K5J 1-1625971-6 60
HSA251K8E 1-1625971-7 60
HSA251R0J 1-1625971-8 60
HSA251R1F 1-1625971-9 60
HSA251R2J 2-1625971-0 60
HSA251R5E 2-1625971-1 60
HSA251R5J 2-1625971-2 60
HSA2520KJ 2-1625971-3 60
HSA25220RE 1-1676625-4 60
HSA25220RJ 2-1625971-4 60
HSA2522KJ 2-1625971-5 60
HSA2522RE 2-1625971-6 60
HSA2522RJ 2-1625971-7 60
HSA2524KJ 2-1625971-9 60
HSA2525KJ 1-1676625-0 60
HSA25270RJ 1676625-3 60
HSA2527RE 3-1625971-0 60
HSA2527RJ 3-1625971-1 60
HSA252K0J 2-1676625-1 60
HSA252K2J 8-1625971-9 60
HSA252K4J 3-1625971-2 60
HSA252K5J 1-1676625-9 60
HSA252K7J 1-1676625-1 60
HSA252R0J 9-1625971-1 60
HSA252R2J 3-1625971-3 60
HSA252R5F 3-1625971-4 60
HSA252R7J 3-1625971-5 60
HSA2530RJ 2-1676625-5 60
HSA25330RJ 3-1625971-6 60
HSA25332RF 3-1625971-7 60
HSA2533KJ 3-1625971-8 60
HSA2533RJ 4-1625971-0 60
HSA2534RJ 2-1676625-4 60
HSA25390RJ 4-1625971-2 60
HSA2539RJ 4-1625971-3 60
HSA253K3J 4-1625971-4 60
HSA253K9J 4-1625971-5 60
HSA253R3J 4-1625971-7 60
HSA253R9J 4-1625971-8 60
HSA25470RE 1-1676625-5 60
HSA25470RJ 4-1625971-9 60
HSA2547RJ 5-1625971-1 60
HSA2548RJ 2-1676625-3 60
HSA254K7J 5-1625971-3 60
HSA254R0E 2-1676625-0 60
HSA254R7J 5-1625971-4 60
HSA2550RJ 5-1625971-6 60
HSA25560RJ 5-1625971-7 60
HSA2556RJ 5-1625971-8 60
HSA255K6J 1676625-9 60
HSA255R0J 1676625-7 60
HSA255R6J 9-1625971-6 60
HSA25680RJ 6-1625971-0 60
HSA2568RE 1-1676625-2 60
HSA2568RJ 6-1625971-2 60
HSA256K8J 9-1625971-4 60
HSA256R2E 6-1625971-3 60
HSA256R8J 6-1625971-4 60
HSA2575RJ 1676625-8 60
HSA257K0E 6-1625971-5 60
HSA257R5J 6-1625971-6 60
HSA25820RJ 6-1625971-7 60
HSA2582RJ 6-1625971-8 60
HSA258K2E 6-1625971-9 60
HSA258K2J 9-1625971-2 60

HSA258R2J 7-1625971-0 60
HSA25R012J 7-1625971-2 60
HSA25R015J 7-1625971-3 60
HSA25R01E 7-1625971-4 60
HSA25R01J 7-1625971-5 60
HSA25R01K 9-1625971-5 60
HSA25R02J 1676625-4 60
HSA25R05J 1676625-5 60
HSA25R08F 7-1625971-6 60
HSA25R10F 7-1625971-7 60
HSA25R10J 7-1625971-8 60
HSA25R11J 2-1676625-2 60
HSA25R15J 9-1625971-9 60
HSA25R17E 8-1625971-0 60
HSA25R22F 8-1625971-1 60
HSA25R22J 8-1625971-2 60
HSA25R33J 1676625-1 60
HSA25R39E 9-1625971-8 60
HSA25R43J 8-1625971-3 60
HSA25R47F 1-1676625-8 60
HSA25R47J 8-1625971-4 60
HSA25R50J 1676625-6 60
HSA25R68J 8-1625971-6 60
HSA25R82J 8-1625971-7 60
HSA50100RE 2-1630186-8 60
HSA50100RJ 1625984-1 60
HSA5010KE 3-1630186-2 60
HSA5010KJ 1625984-3 60
HSA5010RF 1625984-4 60
HSA5010RJ 1625984-5 60
HSA50120RJ 1625984-6 60
HSA5012RJ 1625984-7 60
HSA5013R6J 4-1630186-2 60
HSA5014RJ 3-1630186-6 60
HSA50150RE 1625984-9 60
HSA50150RJ 1-1625984-0 60
HSA5015KE 3-1630186-3 60
HSA5015RJ 1-1625984-1 60
HSA5016RJ 1-1625984-2 60
HSA50180RE 3-1630186-1 60
HSA50180RJ 1-1625984-3 60
HSA5018RJ 1-1625984-4 60
HSA501K0F 1-1625984-6 60
HSA501K0J 1-1625984-7 60
HSA501K2J 1-1625984-8 60
HSA501K5J 1-1625984-9 60
HSA501K8J 2-1625984-0 60
HSA501R0F 2-1625984-1 60
HSA501R0J 2-1625984-2 60
HSA501R1J 1630186-5 60
HSA501R21F 1-1630186-2 60
HSA501R2E 2-1625984-4 60
HSA501R2J 2-1625984-5 60
HSA501R5F 1-1630186-6 60
HSA501R5J 2-1625984-6 60
HSA501R8J 2-1625984-7 60
HSA50200RJ 2-1625984-8 60
HSA5020RJ 2-1625984-9 60
HSA50220RJ 3-1625984-0 60
HSA50221RF 4-1630186-4 60
HSA5022KJ 3-1625984-2 60
HSA5022RJ 3-1625984-3 60
HSA5024KJ 3-1625984-4 60
HSA5024RJ 3-1625984-5 60
HSA5025RJ 1630186-6 60
HSA50270RE 3-1625984-6 60
HSA50270RJ 3-1625984-7 60
HSA5027KJ 1-1630186-8 60
HSA5027RJ 3-1625984-9 60
HSA502K21F 1-1630186-5 60
HSA502K2J 4-1625984-1 60
HSA502K5J 4-1630186-1 60
HSA502R0J 4-1625984-2 60
HSA502R2J 4-1625984-3 60
HSA502R4J 4-1625984-5 60
HSA502R5J 4-1625984-6 60
HSA502R7J 4-1625984-7 60
HSA5030RJ 1630186-7 60
HSA50330RG 3-1630186-7 60
HSA50330RJ 4-1625984-8 60
HSA5033KJ 2-1630186-4 60
HSA5033R2F 1-1630186-7 60
HSA5033RE 4-1625984-9 60
HSA5033RJ 5-1625984-0 60
HSA50360RJ 3-1630186-9 60
HSA50390RF 5-1625984-1 60
HSA50390RJ 5-1625984-2 60
HSA5039RE 2-1630186-9 60
HSA5039RJ 5-1625984-3 60
HSA503K0J 5-1625984-4 60
HSA503K3J 5-1625984-5 60
HSA503R3J 5-1625984-6 60

HSA503R9J 5-1625984-7 60
HSA50400RJ 2-1630186-0 60
HSA5043RF 5-1625984-8 60
HSA50470RJ 5-1625984-9 60
HSA5047KJ 6-1625984-0 60
HSA5047RJ 6-1625984-1 60
HSA504K7F 6-1625984-2 60
HSA504K7J 6-1625984-3 60
HSA504R0J 1-1630186-9 60
HSA504R7E 3-1630186-8 60
HSA504R7J 6-1625984-4 60
HSA5050KJ 6-1625984-5 60
HSA5050RJ 2-1630186-3 60
HSA5051RJ 6-1625984-7 60
HSA5055RJ 2-1630186-6 60
HSA50560RF 6-1625984-8 60
HSA50560RJ 6-1625984-9 60
HSA5056RE 3-1630186-0 60
HSA5056RJ 7-1625984-1 60
HSA505K6J 7-1625984-2 60
HSA505R0F 7-1625984-3 60
HSA505R0J 2-1630186-2 60
HSA505R1F 4-1630186-3 60
HSA505R1J 2-1630186-7 60
HSA505R6J 7-1625984-4 60
HSA5060RJ 2-1630186-5 60
HSA50620RJ 3-1630186-5 60
HSA50680RJ 7-1625984-5 60
HSA5068RJ 7-1625984-6 60
HSA506K8J 7-1625984-8 60
HSA506R0J 7-1625984-9 60
HSA506R8J 8-1625984-0 60
HSA5075KE 1630186-8 60
HSA5075RJ 8-1625984-1 60
HSA507R5J 8-1625984-2 60
HSA50820RJ 8-1625984-3 60
HSA5082RJ 8-1625984-4 60
HSA508K2J 8-1625984-5 60
HSA508R2J 8-1625984-6 60
HSA50R015J 4-1630186-0 60
HSA50R01J 8-1625984-7 60
HSA50R025J 8-1625984-8 60
HSA50R02J 8-1625984-9 60
HSA50R047J 3-1630186-4 60
HSA50R05J 9-1625984-0 60
HSA50R10F 9-1625984-1 60
HSA50R10J 9-1625984-2 60
HSA50R15J 9-1625984-3 60
HSA50R18J 9-1625984-4 60
HSA50R22J 2-1630186-1 60
HSA50R24J 9-1625984-5 60
HSA50R27J 9-1625984-6 60
HSA50R33J 9-1625984-7 60
HSA50R39E 4-1630186-5 60
HSA50R47J 9-1625984-8 60
HSA50R50J 1-1630186-3 60
HSA50R56J 9-1625984-9 60
HSA50R62J 1630186-1 60
HSA50R68J 1630186-2 60
HSA50R75J 1630186-3 60
HSA5100RJ 1625963-1 60
HSA510KJ 7-1625963-5 60
HSA510RJ 1625963-3 60
HSA5120RJ 1625963-5 60
HSA512RJ 6-1625963-6 60
HSA5150RJ 8-1625963-5 60
HSA515RF 1625963-8 60
HSA515RJ 8-1625963-0 60
HSA518RF 1-1625963-0 60
HSA51K0F 1676814-1 60
HSA51K0J 6-1625963-5 60
HSA51K5F 7-1625963-3 60
HSA51K5J 1-1625963-2 60
HSA51K8J 1-1625963-4 60
HSA51R0F 1676814-3 60
HSA51R0J 1-1625963-5 60
HSA51R2J 6-1625963-7 60
HSA51R5F 1-1625963-7 60
HSA5220RJ 1-1625963-8 60
HSA5226R6E 9-1625963-8 60
HSA522RF 9-1625963-5 60
HSA522RJ 1-1625963-9 60
HSA5230RJ 1676814-2 60
HSA523R5F 2-1625963-2 60
HSA5270RJ 2-1625963-3 60
HSA527RJ 2-1625963-4 60
HSA52K2F 2-1625963-5 60
HSA52K2J 8-1625963-9 60
HSA52K7J 2-1625963-7 60
HSA52R0J 7-1625963-7 60
HSA52R2J 7-1625963-8 60
HSA5316RE 9-1625963-9 60

HSA5330RJ 8-1625963-6 60
HSA533RJ 3-1625963-1 60
HSA539RJ 3-1625963-2 60
HSA53K3J 9-1625963-0 60
HSA53R3F 9-1625963-6 60
HSA53R3J 7-1625963-9 60
HSA53R9J 3-1625963-3 60
HSA5470RF 3-1625963-4 60
HSA5470RJ 3-1625963-5 60
HSA547RJ 8-1625963-1 60
HSA54K7J 9-1625963-1 60
HSA54R7J 6-1625963-8 60
HSA5510RG 3-1625963-7 60
HSA5510RJ 7-1625963-1 60
HSA5560RJ 8-1625963-7 60
HSA556RJ 8-1625963-2 60
HSA55K6J 9-1625963-2 60
HSA55R0F 3-1625963-9 60
HSA55R1J 6-1625963-9 60
HSA55R6F 9-1625963-4 60
HSA55R6J 9-1625963-7 60
HSA5680RJ 8-1625963-8 60
HSA5681RF 7-1625963-4 60
HSA5681RJ 7-1625963-2 60
HSA568RJ 8-1625963-3 60
HSA56K8J 9-1625963-3 60
HSA56R8J 7-1625963-0 60
HSA575RJ 8-1625963-4 60
HSA582RJ 4-1625963-2 60
HSA58K2J 4-1625963-4 60
HSA59R0F 4-1625963-6 60
HSA5R05J 4-1625963-8 60
HSA5R10E 5-1625963-1 60
HSA5R10F 5-1625963-2 60
HSA5R10J 5-1625963-5 60
HSA5R121F 5-1625963-7 60
HSA5R15J 5-1625963-8 60
HSA5R18J 5-1625963-9 60
HSA5R20F 6-1625963-0 60
HSA5R22J 6-1625963-2 60
HSA5R33J 7-1625963-6 60
HSA5R47J 6-1625963-3 60
HSC100100RJ 1625999-1 60
HSC10010KJ 1625999-2 60
HSC10010RJ 1625999-3 60
HSC10012R4J 1625999-4 60
HSC10012RJ 6-1625999-3 60
HSC100150RJ 1625999-5 60
HSC10015RJ 1625999-6 60
HSC10016R6J 1625999-7 60
HSC100180RJ 1625999-8 60
HSC10018RJ 1625999-9 60
HSC1001K0J 1-1625999-0 60
HSC1001K2J 1-1625999-1 60
HSC1001K5J 1-1625999-2 60
HSC1001K75F 1-1625999-3 60
HSC1001R0F 5-1625999-6 60
HSC1001R0J 1-1625999-4 60
HSC1001R5J 1-1625999-5 60
HSC1001R75F 5-1625999-8 60
HSC100200RJ 6-1625999-5 60
HSC100204RJ 6-1625999-7 60
HSC10020RF 1-1625999-6 60
HSC10020RJ 1-1625999-7 60
HSC100220RJ 1-1625999-8 60
HSC10022KJ 1-1625999-9 60
HSC10022RJ 2-1625999-0 60
HSC10025RJ 2-1625999-1 60
HSC10027RJ 2-1625999-2 60
HSC1002K0J 2-1625999-3 60
HSC1002K2G 7-1625999-6 60
HSC1002K2J 2-1625999-4 60
HSC1002K7J 2-1625999-5 60
HSC1002R2J 2-1625999-6 60
HSC1002R7J 2-1625999-7 60
HSC100330RJ 2-1625999-8 60
HSC10033RJ 2-1625999-9 60
HSC10036RJ 5-1625999-9 60
HSC100390RJ 6-1625999-6 60
HSC10039RJ 3-1625999-0 60
HSC1003K3J 3-1625999-1 60
HSC1003K9J 5-1625999-7 60
HSC1003R0J 3-1625999-2 60
HSC1003R3J 3-1625999-3 60
HSC100470RJ 3-1625999-4 60
HSC10047KJ 3-1625999-5 60
HSC10047RJ 3-1625999-6 60
HSC1004K7J 3-1625999-7 60
HSC1004R0J 6-1625999-4 60
HSC1004R2F 3-1625999-8 60
HSC1004R3J 3-1625999-9 60
HSC1004R7J 4-1625999-0 60

* Please contact your Sales Representative for parts not listed
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HSC10050KJ 4-1625999-1 60
HSC10050RJ 6-1625999-9 60
HSC100560RJ 4-1625999-2 60
HSC10056RJ 4-1625999-3 60
HSC100600RJ 7-1625999-0 60
HSC10060RJ 7-1625999-2 60
HSC100680RJ 6-1625999-8 60
HSC10068KJ 7-1625999-4 60
HSC10068RJ 4-1625999-4 60
HSC1006K0J 4-1625999-5 60
HSC1006K8J 4-1625999-6 60
HSC1006R04F 7-1625999-1 60
HSC1006R4J 4-1625999-7 60
HSC1006R8J 4-1625999-8 60
HSC10082RJ 7-1625999-3 60
HSC1008R0J 7-1625999-5 60
HSC1008R2J 4-1625999-9 60
HSC100R10J 5-1625999-0 60
HSC100R15F 5-1625999-1 60
HSC100R22F 6-1625999-2 60
HSC100R22J 5-1625999-2 60
HSC100R27J 6-1625999-0 60
HSC100R47J 5-1625999-3 60
HSC100R50J 5-1625999-4 60
HSC100R56J 5-1625999-5 60
HSC100R82J 6-1625999-1 60
HSC150100RJ 1630012-1 60
HSC15010RJ 1630012-2 60
HSC15015RJ 1630012-3 60
HSC15018KJ 1-1630012-5 60
HSC1501K8G 1630012-4 60
HSC1501R2J 1-1630012-8 60
HSC15022KJ 1630012-5 60
HSC150240RJ 1-1630012-6 60
HSC15024RJ 1630012-6 60
HSC150270RJ 1630012-7 60
HSC1502R0G 1630012-8 60
HSC1502R0J 2-1630012-2 60
HSC1502R2J 1-1630012-9 60
HSC15033RJ 1-1630012-4 60
HSC150340RJ 1630012-9 60
HSC1503K3J 1-1630012-0 60
HSC1504R0G 1-1630012-1 60
HSC1504R0J 2-1630012-3 60
HSC15056RJ 1-1630012-7 60
HSC1505R0J 1-1630012-2 60
HSC1506R8J 1-1630012-3 60
HSC15082RK 2-1630012-0 60
HSC150R10J 3-1630027-4 60
HSC200100RJ 1630019-1 60
HSC20010KJ 4-1630019-4 60
HSC20010RJ 1630019-2 60
HSC200127RJ 2-1630019-9 60
HSC20012KJ 1630019-3 60
HSC20012RJ 1630019-4 60
HSC20012RK 1630019-5 60
HSC200150RJ 1630019-6 60
HSC20015KE 3-1630019-9 60
HSC20015KJ 3-1630019-0 60
HSC20015RJ 4-1630019-5 60
HSC200180RJ 1630019-7 60
HSC2001K0J 1630019-8 60
HSC2001K2J 4-1630019-0 60
HSC2001K5J 1630019-9 60
HSC2001K8J 3-1630019-1 60
HSC2001R0J 1-1630019-0 60
HSC20020KJ 1-1630019-1 60
HSC20020RJ 4-1630019-7 60
HSC200220RJ 1-1630019-2 60
HSC20022KJ 4-1630019-8 60
HSC20022RJ 1-1630019-3 60
HSC200250RJ 4-1630019-2 60
HSC2002K4J 1-1630019-4 60
HSC2002R0J 1-1630019-5 60
HSC2002R2J 1-1630019-6 60
HSC2002R7J 3-1630019-2 60
HSC200330RJ 1-1630019-7 60
HSC200390RJ 4-1630019-1 60
HSC2003K3J 1-1630019-8 60
HSC2003R3J 1-1630019-9 60
HSC20040RJ 2-1630019-0 60
HSC200470RJ 2-1630019-1 60
HSC20047RJ 2-1630019-2 60
HSC2004R7J 3-1630019-6 60
HSC20050KJ 2-1630019-3 60
HSC20056RJ 2-1630019-4 60
HSC20064RJ 2-1630019-5 60
HSC2006R0J 3-1630019-3 60
HSC2006R8F 4-1630019-6 60
HSC2006R8J 2-1630019-6 60
HSC20080RJ 4-1630019-3 60
HSC20082RJ 3-1630019-7 60

HSC200R10J 2-1630019-7 60
HSC200R13J 3-1630019-4 60
HSC200R14J 3-1630019-8 60
HSC200R261J 3-1630019-5 60
HSC200R47J 2-1630019-8 60
HSC250100RJ 1630024-1 60
HSC25010KJ 1-1630024-6 60
HSC25010RJ 1630024-2 60
HSC25011RF 1-1630024-1 60
HSC25011RJ 1-1630024-4 60
HSC25018KJ 1-1630024-5 60
HSC2501R0J 1630024-3 60
HSC25020RJ 1630024-4 60
HSC25027RJ 1-1630024-7 60
HSC250390RJ 1-1630024-8 60
HSC25047RJ 1-1630024-9 60
HSC25050RJ 1630024-5 60
HSC25056RJ 1630024-6 60
HSC2505R0E 1630024-7 60
HSC2508R0J 1-1630024-2 60
HSC250R20F 1630024-8 60
HSC250R33J 1-1630024-3 60
HSC300100RJ 1630027-1 60
HSC30010KJ 1630027-2 60
HSC30010RJ 1630027-3 60
HSC30012R8J 3-1630027-2 60
HSC30014R4J 3-1630027-3 60
HSC30015RJ 2-1630027-9 60
HSC30018KJ 1630027-4 60
HSC3001K0J 1630027-5 60
HSC3001R0J 1630027-6 60
HSC300220RJ 1630027-7 60
HSC30022KJ 1630027-8 60
HSC30022RJ 1630027-9 60
HSC30025RJ 2-1630027-8 60
HSC3002R4J 1-1630027-0 60
HSC300330RJ 1-1630027-1 60
HSC30033RJ 1-1630027-2 60
HSC30039RJ 1-1630027-3 60
HSC3003R2J 3-1630027-0 60
HSC3003R3G 3-1630027-5 60
HSC3003R6J 3-1630027-1 60
HSC3003R9J 1-1630027-4 60
HSC30047RJ 1-1630027-5 60
HSC3004K7J 1-1630027-6 60
HSC3004R0J 2-1630027-6 60
HSC3004R7J 1-1630027-7 60
HSC300680RJ 1-1630027-8 60
HSC3006R0J 1-1630027-9 60
HSC3006R8J 2-1630027-0 60
HSC30075RJ 2-1630027-1 60
HSC3008R0J 2-1630027-7 60
HSC300R10J 2-1630012-1 60
HSC300R20F 2-1630027-2 60
HSC300R32J 2-1630027-3 60
HSC300R47J 2-1630027-4 60
HSC300R56J 2-1630027-5 60
HSC75150RJ 1625995-9 60
HSC751K2J 1625995-6 60
HSC751KJ 1-1625995-0 60
HSC75220RJ 1625995-8 60
HSC752K2J 1625995-1 60
HSC7547RJ 1625995-2 60
HSC754K7J 1625995-7 60
HSC755K7J 1-1625995-1 60
HSC755R0J 1625995-3 60
HSC757R1F 1625995-4 60
HSC75R68J 1625995-5 60
HSX5086KF 1676840-1 64
HVR10B200KK 1625945-1 116
HVR10C25MK 1625946-1 116
HVR10D100MK 1625947-1 116
HVR10D10MK 1625947-2 116
HVR10D11MF 1625947-3 116
HVR10D16MF 1625947-4 116
HVR10D1M0J 1-1625947-1 116
HVR10D25MK 1625947-5 116
HVR10D27MF 1625947-6 116
HVR10D2M4F 1-1625947-0 116
HVR10D3M0J 1-1625947-2 116
HVR10D3M9F 1625947-7 116
HVR10D500KK 1625947-8 116
HVR10D6M2F 1625947-9 116
HVR20B1K0K 1625948-1 116
HVR20B33KK 1625948-2 116
HVR20B50KK 1625948-3 116
HVR20C11MF 1625949-1 116
HVR20C11MK 1625949-2 116
HVR20D1G0K 1625950-2 116
HVR20D1M0K 1625950-3 116
HVR20D470KJ 1625950-4 116
HVR20D470KK 1625950-8 116

HVR20D50KK 1625950-5 116
HVR20D6M0K 1625950-6 116
HVR20D6M2K 1625950-7 116
HVR30B10MF 1625951-1 116
HVR30B10MJ 1625951-2 116
HVR30B120KF 1-1625951-6 116
HVR30B12MF 1625951-3 116
HVR30B1G0J 1625951-4 116
HVR30B1K0F 1625951-5 116
HVR30B1K0K 1625951-6 116
HVR30B20KF 1625951-7 116
HVR30B20KK 1625951-8 116
HVR30B20MK 1625951-9 116
HVR30B220KF 1-1625951-0 116
HVR30B240KF 1-1625951-1 116
HVR30B2K5F 1-1625951-2 116
HVR30B500KF 1-1625951-5 116
HVR30B82KF 1-1625951-3 116
HVR30B82MF 1-1625951-7 116
HVR30B8M4J 1-1625951-4 116
HVR30C15MJ 1625952-1 116
HVR30C2M0K 1625952-3 116
HVR30C40MK 1625952-4 116
HVR30C5M0K 1625952-2 116
HVR30D100MK 1625953-1 116
HVR30D10MK 1625953-2 116
HVR30D150MK 1625953-3 116
HVR30D1M0K 1625953-4 116
HVR30D200MK 1625953-5 116
HVR30D25MJ 1625953-6 116
HVR30D25MJE 1625954-1 116
HVR30D25MK 1625953-7 116
HVR30D35MJ 1625953-8 116
HVR30D3M0J 1-1625953-3 116
HVR30D55MK 1625953-9 116
HVR30D5M0K 1-1625953-0 116
HVR30D6M6K 1-1625953-1 116
HVR30D7M5K 1-1625953-2 116
HVR50B100MK 1625955-4 116
HVR50B10MK 1625955-5 116
HVR50B50MK 1625955-1 116
HVR50B5M6K 1625955-2 116
HVR50B80MK 1625955-3 116
HVR50C10MK 1625956-1 116
HVR50C1M0K 1625956-2 116
HVR50C66MF 1625956-3 116
HVR50C66MJ 1625956-4 116
HVR50C6M0K 1625956-5 116
HVR50C80MF 1625956-6 116
HVR50D100KJ 1625957-1 116
HVR50D100KK 1625957-2 116
HVR50D10MK 1625957-3 116
HVR50D110MK 1625957-4 116
HVR50D110MKE 2-1625957-4 116
HVR50D150KK 2-1625957-7 116
HVR50D150MF 1625957-5 116
HVR50D15MK 1625957-6 116
HVR50D16MK 2-1625957-5 116
HVR50D1M0J 1625957-7 116
HVR50D1M0K 1625957-8 116
HVR50D20KK 2-1625957-8 116
HVR50D20MK 1625957-9 116
HVR50D300KJ 2-1625957-6 116
HVR50D30MK 1-1625957-0 116
HVR50D350MK 1-1625957-1 116
HVR50D3M0J 1-1625957-2 116
HVR50D3M3J 1-1625957-3 116
HVR50D4MK 1-1625957-4 116
HVR50D500KK 1-1625957-5 116
HVR50D50MK 1-1625957-6 116
HVR50D5M0K 1-1625957-7 116
HVR50D620KJ 1-1625957-8 116
HVR50D750KK 1-1625957-9 116
HVR50D7M5F 2-1625957-0 116
HVR50D82M5J 2-1625957-1 116
HVR50D82M5K 2-1625957-2 116
HVR50D92KK 2-1625957-3 116
HVR60D100MJ 1676557-2 116
HVR60D200MJ 1676557-3 116
HVR60D400MJ 1676557-1 116
KC1/2A10RJT 1624237-1 22
KC1/2R10FB 1624237-2 22
KC1BR18FB 1624238-1 22
KC2C10KJ 1624239-1 22
KC2C11RF 1624239-2 22
KC2C1R0FC 1624239-3 22
KC2C2K05J 1624239-4 22
KC2C2R05FC 1624239-5 22
KC2C30R1F 1624239-6 22
KC2CR10J 1624239-7 22
KC5R47EA 1624240-1 22
KHSA2510RJ 1625973-6 118

KHSA251K2J 1625973-7 118
KHSA251K8J 1-1625973-2 118
KHSA2522RJ 1625973-8 118
KHSA25620RJ 1625973-9 118
KHSA2562RJ 1-1625973-0 118
KHSA2582RJ 1-1625973-3 118
KHSA5010RJ 1625986-1 118
KHSA501K1J 1625986-2 118
KHSA501K5J 1625986-3 118
KHSA501R5J 1625986-4 118
KHSA501R8J 1625986-5 118
KHSA501RJ 1-1625986-3 118
KHSA502R2J 1625986-6 118
KHSA5033KJ 1625986-9 118
KHSA50390RJ 1625986-7 118
KHSA503R0J 1-1625986-1 118
KHSA504R7J 1-1625986-4 118
KHSA5050RF 1-1625986-2 118
KHSA5062RJ 1625986-8 118
KHSA50R51J 1-1625986-0 118
KL4AR015FTN 1625816-2 28
KL4AR022FTN 1625819-1 28
KL4AR02FTN 1625820-1 28
KL4AR047FTN 1625822-1 28
KL4AR0499FTN 1625823-2 28
KNC2AR20F 1624241-1 22
KNP2AR01F 1624242-1 42
KNP2AR025E 1624242-2 42
KNP2AR03F 1624242-8 42
KNP2AR05E 1624242-3 42
KNP2AR10E 1624242-4 42
KNP47R10F 1624242-5 42
KNP5AR05G 1624242-6 42
KNP5AR10G 1624242-7 42
LC1-100K-10%-22MM-FL 2-1625932-6 238
LC1-100K-20%-1 1/2"-SL 1625932-9 238
LC1-100K-20%-19MM-PL 2-1625932-9 238
LC1-100R-20%-16MM-PL 3-1625932-2 238
LC1-10K-10%-1 5/64"-PL 1-1625932-5 238
LC1-10K-10%-38.1MM-SL 2-1625932-3 238
LC1-10K-20%-1 1/2"-SL 1625932-1 238
LC1-10K-20%-22MM-SL 1625932-8 238
LC1-10K-20%-7/8"-PL 1-1625932-4 238
LC1-1K-20%-1 1/2"-SL 1625932-6 238
LC1-1K-20%-16MM-PL 3-1625932-3 238
LC1-1K-20%-22MM-SL 3-1625932-1 238
LC1-1M-20%- 1 1/2"-SL 1625932-4 238
LC1-220K-20%-1 1/2"-SL 1-1625932-0 238
LC1-22K-20%-1 1/2"-SL 1625932-5 238
LC1-2K2-20%-1 1/2"-SL 1625932-2 238
LC1-2K2-20%-11.1MM-PL 2-1625932-4 238
LC1-2K2-20%-16MM-PL 1-1625932-2 238
LC1-2K2-20%-22MM-SL 1-1625932-7 238
LC1-470R-20%-1 1/2"-SL 1-1625932-1 238
LC1-47K-10%-22MM-SL 1-1625932-6 238
LC1-47K-20%-1 1/2"-SL 1625932-3 238
LC1-4K7-10%-1 1/2"-SL 1-1625932-9 238
LC1-4K7-20%-1 1/2"-SL 1625932-7 238
LC1-4K7-20%-16MM-PL 2-1625932-8 238
LC1-4K7-20%-16MM-SL 2-1625932-7 238
LC1-50K-10%-1/2"-PL 2-1625932-1 238
LC1-50K-10%-11/16"-FL 2-1625932-0 238
LC1-5K-20%-11.1MM-PL 2-1625932-5 238
LC1-5K-20%-7/16"-SL 1-1625932-8 238
LR0204F100K 1614976-1 136
LR0204F100R 1614977-1 136
LR0204F10K 1614978-1 136
LR0204F10K5 1-1614978-0 136
LR0204F10R 1614979-1 136
LR0204F110K 1614980-1 136
LR0204F110R 1614981-1 136
LR0204F11K 1614982-1 136
LR0204F11K8 1614983-1 136
LR0204F11R 1614984-1 136
LR0204F120K 1614985-1 136
LR0204F120R 1614986-1 136
LR0204F12K 1614987-1 136
LR0204F12K1 1614988-1 136
LR0204F12K4 1614989-1 136
LR0204F12R 1614990-1 136
LR0204F130K 1614991-1 136
LR0204F130R 1614992-1 136
LR0204F133R 1614993-1 136
LR0204F137K 1614994-1 136
LR0204F137R 1614995-1 136
LR0204F13K 1614996-1 136
LR0204F13K3 1614997-1 136
LR0204F13R 1614998-1 136
LR0204F147K 1614999-1 136
LR0204F14K3 1622160-1 136
LR0204F150K 1622161-1 136
LR0204F150R 1622162-1 136

* Please contact your Sales Representative for parts not listed
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LR0204F15K 1622163-1 136
LR0204F15K8 1622164-1 136
LR0204F15R 1622165-1 136
LR0204F160K 1622166-1 136
LR0204F160R 1622167-1 136
LR0204F16K 1622168-1 136
LR0204F16K9 1622169-1 136
LR0204F16R 1622170-1 136
LR0204F174K 1622171-1 136
LR0204F17K4 1-1622171-0 136
LR0204F180K 1622172-1 136
LR0204F180R 1622173-1 136
LR0204F182K 1622174-1 136
LR0204F187K 1-1622174-0 136
LR0204F187R 1622175-1 136
LR0204F18K 1622176-1 136
LR0204F18K7 1622177-1 136
LR0204F18R 1622178-1 136
LR0204F18R2 1622179-1 136
LR0204F1K0 1622180-1 136
LR0204F1K05 1622181-1 136
LR0204F1K1 1622182-1 136
LR0204F1K2 1622183-1 136
LR0204F1K21 1622183-2 136
LR0204F1K3 1622184-1 136
LR0204F1K5 1622185-1 136
LR0204F1K58 1622185-2 136
LR0204F1K6 1622186-1 136
LR0204F1K8 1622187-1 136
LR0204F1M0 1622188-1 136
LR0204F200K 1622189-1 136
LR0204F200R 1622190-1 136
LR0204F205K 1622190-3 136
LR0204F20K 1622191-1 136
LR0204F20R 1622192-1 136
LR0204F220K 1622193-1 136
LR0204F220R 1622194-1 136
LR0204F221K 1622195-1 136
LR0204F22K 1622196-1 136
LR0204F22K1 1622196-2 136
LR0204F22K6 1622197-1 136
LR0204F22R 1622198-1 136
LR0204F240K 1622199-1 136
LR0204F240R 1622200-2 136
LR0204F24K 1622201-1 136
LR0204F24K3 1622202-1 136
LR0204F24R 1622203-1 136
LR0204F270K 1622204-1 136
LR0204F270R 1622205-1 136
LR0204F27K 1622206-1 136
LR0204F27K4 1622206-5 136
LR0204F27R 1622207-1 136
LR0204F294K 2-1622207-0 136
LR0204F2K0 1622208-1 136
LR0204F2K2 1622209-1 136
LR0204F2K21 1622209-2 136
LR0204F2K4 1622210-1 136
LR0204F2K7 1622211-1 136
LR0204F300K 1622212-1 136
LR0204F300R 1622213-1 136
LR0204F30K 1622214-1 136
LR0204F30K1 1-1622214-0 136
LR0204F30R 1622215-1 136
LR0204F330K 1622216-2 136
LR0204F330R 1622217-1 136
LR0204F33K 1622218-1 136
LR0204F33K2 1622218-5 136
LR0204F33R 1622219-1 136
LR0204F34K 1-1622219-0 136
LR0204F360K 1622220-1 136
LR0204F360R 1622221-1 136
LR0204F36K 1622222-1 136
LR0204F36K5 1622223-1 136
LR0204F36R 1622224-1 136
LR0204F390K 1622225-1 136
LR0204F390R 1622226-1 136
LR0204F39K 1622227-1 136
LR0204F39R 1622228-2 136
LR0204F3K0 1622229-1 136
LR0204F3K3 1622230-1 136
LR0204F3K6 1622231-1 136
LR0204F3K83 1622231-2 136
LR0204F3K9 1622232-1 136
LR0204F3K92 1622233-1 136
LR0204F40K2 1622234-1 136
LR0204F422R 1622235-1 136
LR0204F430K 1622236-1 136
LR0204F430R 1622237-1 136
LR0204F43K 1622238-1 136
LR0204F43K2 1622238-2 136
LR0204F43R 1622239-1 136
LR0204F470K 1622240-1 136

LR0204F470R 1622241-1 136
LR0204F475K 1-1622241-0 136
LR0204F47K 1622242-1 136
LR0204F47R 1622243-2 136
LR0204F487R 1622244-1 136
LR0204F49K9 1622245-1 136
LR0204F4K3 1622246-1 136
LR0204F4K7 1622247-1 136
LR0204F4K75 1622247-5 136
LR0204F4K87 1622248-1 136
LR0204F4K99 1622249-1 136
LR0204F510K 1622250-1 136
LR0204F510R 1622251-1 136
LR0204F51K 1622252-1 136
LR0204F51K1 1622252-2 136
LR0204F51R 1622253-1 136
LR0204F52K3 2-1622253-0 136
LR0204F560K 1622254-1 136
LR0204F560R 1622255-1 136
LR0204F56K 1622256-1 136
LR0204F56R 1622257-1 136
LR0204F5K1 1622258-1 136
LR0204F5K11 1-1622258-0 136
LR0204F5K23 1622259-1 136
LR0204F5K6 1622260-1 136
LR0204F5K9 1622261-1 136
LR0204F5R1 1622261-2 136
LR0204F620K 1622262-1 136
LR0204F620R 1622263-1 136
LR0204F62K 1622264-1 136
LR0204F62R 1622265-1 136
LR0204F634R 1-1622265-0 136
LR0204F63K4 1-1622265-1 136
LR0204F66K5 2-1622265-0 136
LR0204F680K 1622266-1 136
LR0204F680R 1622267-1 136
LR0204F68K 1622268-1 136
LR0204F68R 1622269-1 136
LR0204F6K04 1622270-1 136
LR0204F6K19 1622271-1 136
LR0204F6K2 1622272-1 136
LR0204F6K8 1622273-1 136
LR0204F6K81 1622273-2 136
LR0204F715R 1622274-1 136
LR0204F750K 1622275-1 136
LR0204F750R 1622276-1 136
LR0204F75K 1622277-1 136
LR0204F75R 1622278-2 136
LR0204F7K5 1622279-1 136
LR0204F80K6 1622280-1 136
LR0204F820K 1622281-1 136
LR0204F820R 1622282-1 136
LR0204F82K 1622283-1 136
LR0204F82R 1622284-1 136
LR0204F82R5 1622285-1 136
LR0204F845R 1622282-2 136
LR0204F86R6 1622286-1 136
LR0204F8K2 1622287-1 136
LR0204F8K87 1622288-1 136
LR0204F8R2 1622289-1 136
LR0204F910K 1622290-1 136
LR0204F910R 1622291-1 136
LR0204F91K 1622292-1 136
LR0204F91R 1622293-1 136
LR0204F931K 1622294-1 136
LR0204F9K1 1622295-1 136
LR0204F9K76 1622295-3 136
LR1F100K 1622296-1 136
LR1F100R 1622297-1 136
LR1F102K 1-1622297-0 136
LR1F105K 1-1622297-2 136
LR1F107K 1-1622297-5 136
LR1F10K 1622298-1 136
LR1F10K2 1622298-2 136
LR1F10K5 1622299-1 136
LR1F10K7 1622300-1 136
LR1F10M 1622301-1 136
LR1F10R 1622302-1 136
LR1F110K 1622303-1 136
LR1F110R 1622304-1 136
LR1F113K 1-1622304-0 136
LR1F115K 1-1622304-1 136
LR1F118K 1-1622304-2 136
LR1F11K 1622305-1 136
LR1F11K3 1622305-2 136
LR1F11K5 1622305-5 136
LR1F11K8 1622305-4 136
LR1F11R 1622306-1 136
LR1F120K 1622307-1 136
LR1F120R 1622308-1 136
LR1F121K 1622308-5 136
LR1F121R 1622309-1 136

LR1F124K 1622310-2 136
LR1F124R 1622310-1 136
LR1F127K 1622310-3 136
LR1F12K 1622311-1 136
LR1F12K1 1622311-3 136
LR1F12K4 1622311-2 136
LR1F12K7 1622311-4 136
LR1F12R 1622312-1 136
LR1F12R1 1622312-2 136
LR1F130K 1622313-1 136
LR1F130R 1622314-1 136
LR1F133K 1622314-2 136
LR1F137K 1622315-2 136
LR1F137R 1622315-1 136
LR1F13K 1622316-1 136
LR1F13K3 1622316-2 136
LR1F13K7 1622316-3 136
LR1F13R 1622317-1 136
LR1F140K 1622318-1 136
LR1F140R 1-1622318-0 136
LR1F147K 1-1622318-5 136
LR1F14K 1622319-1 136
LR1F14K3 1622319-2 136
LR1F14K7 1622319-3 136
LR1F150K 1622320-1 136
LR1F150R 1622321-1 136
LR1F154K 1622321-2 136
LR1F158K 1622321-3 136
LR1F158R 1622322-1 136
LR1F15K 1622323-1 136
LR1F15K4 1622324-1 136
LR1F15K8 1622325-1 136
LR1F15R 1622326-1 136
LR1F160K 1622327-1 136
LR1F160R 1622328-1 136
LR1F162K 1622328-5 136
LR1F162R 1-1622328-0 136
LR1F165K 1622329-2 136
LR1F165R 1622329-1 136
LR1F169K 1622330-1 136
LR1F169R 1622331-1 136
LR1F16K 1622332-1 136
LR1F16K2 1622332-2 136
LR1F16K5 1622332-4 136
LR1F16K9 1622333-1 136
LR1F16R 1622334-1 136
LR1F16R2 1622335-1 136
LR1F16R9 1622336-1 136
LR1F174K 1622337-1 136
LR1F178K 1622338-1 136
LR1F17K4 1622339-1 136
LR1F17K8 1-1622339-0 136
LR1F17R8 1622340-1 136
LR1F180K 1622341-1 136
LR1F180R 1622342-1 136
LR1F182K 1-1622342-0 136
LR1F182R 1-1622342-1 136
LR1F187K 1622343-2 136
LR1F187R 1622343-1 136
LR1F18K 1622344-1 136
LR1F18K2 1622345-1 136
LR1F18K7 1622346-1 136
LR1F18R 1622347-1 136
LR1F18R2 1622347-2 136
LR1F191K 1622348-1 136
LR1F196K 1-1622348-0 136
LR1F19K1 2-1622348-0 136
LR1F19K6 2-1622348-2 136
LR1F1K0 1622349-1 136
LR1F1K02 1622349-2 136
LR1F1K05 1622349-3 136
LR1F1K07 1622349-4 136
LR1F1K1 1622350-1 136
LR1F1K13 1622350-2 136
LR1F1K15 1622350-3 136
LR1F1K18 1622351-1 136
LR1F1K2 1622352-1 136
LR1F1K21 1622353-1 136
LR1F1K24 1622354-1 136
LR1F1K27 1622354-2 136
LR1F1K3 1622355-1 136
LR1F1K33 1622355-2 136
LR1F1K37 1622356-1 136
LR1F1K4 1622356-2 136
LR1F1K43 1622357-1 136
LR1F1K47 1622358-1 136
LR1F1K5 1622359-1 136
LR1F1K54 1622359-5 136
LR1F1K58 1-1622359-0 136
LR1F1K6 1622360-1 136
LR1F1K62 1622361-1 136
LR1F1K65 1622362-1 136

LR1F1K69 1622362-2 136
LR1F1K74 1622363-1 136
LR1F1K78 1622363-5 136
LR1F1K8 1622364-1 136
LR1F1K82 1622364-2 136
LR1F1K87 1622365-1 136
LR1F1K91 1622366-2 136
LR1F1K96 1622366-1 136
LR1F1M0 1622367-1 136
LR1F1M02 1622367-2 136
LR1F1M05 1622367-3 136
LR1F1M07 1622367-4 136
LR1F1M1 1622368-1 136
LR1F1M13 1622368-2 136
LR1F1M15 1622368-3 136
LR1F1M18 1622368-4 136
LR1F1M2 1622369-1 136
LR1F1M21 1622369-3 136
LR1F1M24 1622369-4 136
LR1F1M27 1622369-5 136
LR1F1M3 1622369-2 136
LR1F1M33 1622369-6 136
LR1F1M37 1622369-7 136
LR1F1M4 1622369-8 136
LR1F1M43 1622369-9 136
LR1F1M47 1-1622369-0 136
LR1F1M5 1622370-1 136
LR1F1M54 1622370-5 136
LR1F1M58 1622370-6 136
LR1F1M6 1622370-2 136
LR1F1M62 1622370-7 136
LR1F1M65 1622370-8 136
LR1F1M69 1622370-9 136
LR1F1M74 1-1622370-0 136
LR1F1M78 1-1622370-1 136
LR1F1M8 1622370-3 136
LR1F1M82 1622370-4 136
LR1F1M87 1-1622370-2 136
LR1F1M91 1-1622370-3 136
LR1F1M96 1-1622370-4 136
LR1F1R0 1622371-1 136
LR1F1R1 1622372-1 136
LR1F1R2 1622373-1 136
LR1F1R3 1622374-1 136
LR1F1R5 1622375-1 136
LR1F1R6 1622376-1 136
LR1F1R62 1622377-1 136
LR1F1R8 1622378-1 136
LR1F1R82 1622379-1 136
LR1F200K 1622380-1 136
LR1F200R 1622381-1 136
LR1F205K 1622381-2 136
LR1F20K 1622382-1 136
LR1F20K5 1622382-2 136
LR1F20R 1622383-1 136
LR1F210K 1-1622383-0 136
LR1F215K 1-1622383-2 136
LR1F21K 1622384-2 136
LR1F21K5 1622384-1 136
LR1F220K 1622385-1 136
LR1F220R 1622386-1 136
LR1F221K 1622387-1 136
LR1F221R 1622388-1 136
LR1F226K 1622388-2 136
LR1F22K 1622389-1 136
LR1F22K1 1622390-1 136
LR1F22K6 1622391-1 136
LR1F22R 1622392-1 136
LR1F22R1 1-1622392-0 136
LR1F232K 1622393-3 136
LR1F237K 1622393-2 136
LR1F237R 1622393-1 136
LR1F23K2 1622394-1 136
LR1F23K7 1622394-2 136
LR1F240K 1622395-1 136
LR1F240R 1622396-1 136
LR1F243K 1622396-5 136
LR1F243R 1622396-3 136
LR1F249K 1622396-4 136
LR1F249R 1622396-2 136
LR1F24K 1622397-1 136
LR1F24K3 1622398-1 136
LR1F24K9 1622399-1 136
LR1F24R 1622400-1 136
LR1F24R9 1622401-1 136
LR1F255K 1622401-2 136
LR1F25K5 1622401-4 136
LR1F261K 1622402-2 136
LR1F261R 1622402-1 136
LR1F267K 1622403-2 136
LR1F267R 1622403-1 136
LR1F26K1 1622404-1 136

* Please contact your Sales Representative for parts not listed
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LR1F26K7 1622404-2 136
LR1F270K 1622405-1 136
LR1F270R 1622406-1 136
LR1F274K 1622406-5 136
LR1F274R 1-1622406-0 136
LR1F27K 1622407-1 136
LR1F27K4 1622407-2 136
LR1F27R 1622408-1 136
LR1F27R4 1622408-2 136
LR1F280K 1622409-1 136
LR1F280R 1622410-1 136
LR1F287K 1622410-2 136
LR1F28K 1622410-4 136
LR1F28K7 1622410-5 136
LR1F294K 1630886-1 136
LR1F29K4 1622411-1 136
LR1F2K0 1622412-1 136
LR1F2K05 1622412-2 136
LR1F2K1 1622413-1 136
LR1F2K15 1622413-2 136
LR1F2K2 1622414-1 136
LR1F2K21 1622415-1 136
LR1F2K26 1622416-1 136
LR1F2K32 1622416-2 136
LR1F2K37 1622416-3 136
LR1F2K4 1622417-1 136
LR1F2K43 1622418-1 136
LR1F2K49 1622418-2 136
LR1F2K55 1622418-3 136
LR1F2K61 1622418-4 136
LR1F2K67 1622418-5 136
LR1F2K7 1622419-1 136
LR1F2K74 1622420-1 136
LR1F2K8 1622420-2 136
LR1F2K87 1622420-3 136
LR1F2K94 1622420-4 136
LR1F2M0 1622421-1 136
LR1F2M2 1622422-1 136
LR1F2M37 1622422-4 136
LR1F2M4 1622422-2 136
LR1F2M7 1622422-3 136
LR1F2R0 1622423-1 136
LR1F2R2 1622424-1 136
LR1F2R21 1622425-1 136
LR1F2R4 1622426-1 136
LR1F2R43 1622426-5 136
LR1F2R7 1622427-1 136
LR1F2R74 1622428-1 136
LR1F300K 1622429-1 136
LR1F300R 1622430-1 136
LR1F301K 1624429-2 136
LR1F301R 1622431-1 136
LR1F309K 1622431-2 136
LR1F30K 1622432-1 136
LR1F30K1 1622433-1 136
LR1F30K9 1622434-1 136
LR1F30R 1622435-1 136
LR1F30R1 1622435-2 136
LR1F316K 1622436-3 136
LR1F31K6 1622436-1 136
LR1F31R6 1622436-2 136
LR1F324K 1622436-4 136
LR1F32K4 1622436-5 136
LR1F330K 1622437-1 136
LR1F330R 1622438-1 136
LR1F332K 1622439-1 136
LR1F332R 1-1622439-0 136
LR1F33K 1622440-1 136
LR1F33K2 1622441-1 136
LR1F33R 1622442-1 136
LR1F33R2 1622443-1 136
LR1F340K 1622444-4 136
LR1F348K 1622444-3 136
LR1F34K 1622444-2 136
LR1F34K8 1622444-1 136
LR1F357K 1622445-2 136
LR1F357R 1622445-1 136
LR1F35K7 1622445-3 136
LR1F360K 1622446-1 136
LR1F360R 1622447-1 136
LR1F365K 1622448-1 136
LR1F365R 1622449-1 136
LR1F36K 1622450-1 136
LR1F36K5 1622450-2 136
LR1F36R 1622451-1 136
LR1F374K 1622451-3 136
LR1F37K4 1-1622451-0 136
LR1F383K 1622452-1 136
LR1F38K3 1622452-3 136
LR1F390K 1622453-1 136
LR1F390R 1622454-1 136
LR1F392K 1622455-2 136

LR1F392R 1622455-1 136
LR1F39K 1622456-1 136
LR1F39K2 1622457-1 136
LR1F39R 1622458-1 136
LR1F39R2 1622458-2 136
LR1F3K0 1622459-1 136
LR1F3K01 1622459-5 136
LR1F3K09 1-1622459-0 136
LR1F3K16 1622460-1 136
LR1F3K24 1622460-2 136
LR1F3K3 1622461-1 136
LR1F3K32 1622462-1 136
LR1F3K4 1622462-2 136
LR1F3K48 1622462-3 136
LR1F3K57 1622463-1 136
LR1F3K6 1622464-1 136
LR1F3K65 1622465-1 136
LR1F3K74 1622466-1 136
LR1F3K83 1622466-5 136
LR1F3K9 1622467-1 136
LR1F3K92 1622467-6 136
LR1F3M0 1622467-2 136
LR1F3M3 1622467-5 136
LR1F3M32 1622467-7 136
LR1F3M6 1622467-3 136
LR1F3M9 1622467-4 136
LR1F3R0 1622468-1 136
LR1F3R3 1622469-1 136
LR1F3R32 1622470-1 136
LR1F3R6 1622471-1 136
LR1F3R65 1622471-5 136
LR1F3R9 1622472-1 136
LR1F3R92 1622472-5 136
LR1F402K 1622473-4 136
LR1F402R 1622473-2 136
LR1F40K2 1622473-3 136
LR1F412K 1622473-5 136
LR1F41K2 1622473-1 136
LR1F422K 1622473-6 136
LR1F42K2 1622474-2 136
LR1F42R2 1622474-1 136
LR1F430K 1622475-1 136
LR1F430R 1622476-1 136
LR1F432K 1622477-1 136
LR1F432R 1622478-1 136
LR1F43K 1622479-1 136
LR1F43K2 1622479-2 136
LR1F43R 1622480-1 136
LR1F43R2 1622480-2 136
LR1F442K 1622480-3 136
LR1F44K2 1-1622480-0 136
LR1F453K 1622481-2 136
LR1F453R 1622481-1 136
LR1F45K3 1-1622481-0 136
LR1F464K 1622482-1 136
LR1F464R 1622483-1 136
LR1F46K4 1622484-1 136
LR1F470K 1622485-1 136
LR1F470R 1622486-1 136
LR1F475K 1622487-2 136
LR1F475R 1622487-1 136
LR1F47K 1622488-1 136
LR1F47K5 1630887-1 136
LR1F47R 1622489-1 136
LR1F47R5 1622490-1 136
LR1F487K 1622489-6 136
LR1F487R 1622489-4 136
LR1F48K7 1622489-5 136
LR1F499K 1-1622506-0 136
LR1F499R 1622491-1 136
LR1F49K9 1622492-1 136
LR1F49R9 1622492-5 136
LR1F4K02 1622493-1 136
LR1F4K12 1622494-1 136
LR1F4K22 1622495-1 136
LR1F4K3 1622496-1 136
LR1F4K32 1622497-1 136
LR1F4K42 1622498-1 136
LR1F4K53 1622499-1 136
LR1F4K64 1630888-1 136
LR1F4K7 1622500-1 136
LR1F4K75 1622501-1 136
LR1F4K87 1622501-2 136
LR1F4K99 1622502-1 136
LR1F4M7 1622503-1 136
LR1F4R3 1622504-1 136
LR1F4R7 1622505-1 136
LR1F4R75 1622506-1 136
LR1F510K 1622507-1 136
LR1F510R 1622508-1 136
LR1F511K 1622509-2 136
LR1F511R 1622509-1 136

LR1F51K 1622510-1 136
LR1F51K1 1622510-2 136
LR1F51R 1622511-1 136
LR1F51R1 1622512-1 136
LR1F523K 1622512-5 136
LR1F523R 1-1622512-0 136
LR1F52K3 1622513-1 136
LR1F536K 1622513-5 136
LR1F536R 1622513-6 136
LR1F53K6 1-1622513-0 136
LR1F549K 1622514-2 136
LR1F549R 1622514-1 136
LR1F54K9 1622515-1 136
LR1F560K 1622516-1 136
LR1F560R 1622517-1 136
LR1F562K 1622518-2 136
LR1F562R 1622518-1 136
LR1F56K 1622519-1 136
LR1F56K2 1622520-1 136
LR1F56R 1622521-1 136
LR1F56R2 1622522-1 136
LR1F576K 1622523-2 136
LR1F576R 1622523-1 136
LR1F57K6 1622524-1 136
LR1F590K 1622525-1 136
LR1F590R 1622525-2 136
LR1F59K 1622525-3 136
LR1F5K1 1622526-1 136
LR1F5K11 1622527-1 136
LR1F5K23 1622528-1 136
LR1F5K36 1622529-1 136
LR1F5K49 1622530-1 136
LR1F5K6 1622531-1 136
LR1F5K62 1622532-1 136
LR1F5K76 1622533-1 136
LR1F5K9 1622534-1 136
LR1F5M1 1622534-2 136
LR1F5M6 1622534-3 136
LR1F5R1 1622535-1 136
LR1F5R6 1622536-1 136
LR1F604K 1622537-6 136
LR1F604R 1622537-5 136
LR1F60K4 1622537-4 136
LR1F619K 1622537-7 136
LR1F619R 1622537-2 136
LR1F61K9 1622537-3 136
LR1F61R9 1622537-1 136
LR1F620K 1622538-1 136
LR1F620R 1622539-1 136
LR1F62K 1622540-1 136
LR1F62R 1622541-1 136
LR1F634K 1622541-2 136
LR1F634R 1622541-3 136
LR1F63K4 1622541-4 136
LR1F649K 1622542-3 136
LR1F649R 1622542-2 136
LR1F64K9 1622542-1 136
LR1F665K 1622542-6 136
LR1F665R 1-1622542-0 136
LR1F66K5 1622543-1 136
LR1F680K 1622544-1 136
LR1F680R 1622545-1 136
LR1F681K 1622546-1 136
LR1F681R 1622547-1 136
LR1F68K 1622548-1 136
LR1F68K1 1622548-2 136
LR1F68R 1622550-1 136
LR1F68R1 1622550-3 136
LR1F698K 1622550-4 136
LR1F698R 1622550-2 136
LR1F69K8 1622551-1 136
LR1F6K04 1622552-2 136
LR1F6K19 1622552-3 136
LR1F6K2 1622552-1 136
LR1F6K34 1622553-1 136
LR1F6K49 1622554-1 136
LR1F6K65 1622554-5 136
LR1F6K8 1622555-1 136
LR1F6K81 1622556-1 136
LR1F6K98 1622556-2 136
LR1F6M2 1622556-5 136
LR1F6M8 1622556-6 136
LR1F6R2 1622557-1 136
LR1F6R8 1622558-1 136
LR1F715K 1622559-1 136
LR1F715R 1622559-2 136
LR1F71K5 1622560-1 136
LR1F71R5 1622561-1 136
LR1F732K 1622561-5 136
LR1F732R 1-1622561-0 136
LR1F73K2 1622562-1 136
LR1F750K 1622563-1 136

LR1F750R 1622564-1 136
LR1F75K 1622565-1 136
LR1F75R 1622566-1 136
LR1F768K 1622567-3 136
LR1F768R 1622567-2 136
LR1F76K8 1622567-1 136
LR1F76R8 1622568-1 136
LR1F787K 1622569-3 136
LR1F787R 1622569-2 136
LR1F78K7 1622569-1 136
LR1F7K15 1622570-1 136
LR1F7K32 1622570-2 136
LR1F7K5 1622571-1 136
LR1F7K68 1622572-1 136
LR1F7K87 1622573-1 136
LR1F7M5 1622573-2 136
LR1F7R5 1622574-1 136
LR1F806K 1622575-4 136
LR1F806R 1622575-3 136
LR1F80K6 1622575-5 136
LR1F820K 1622575-1 136
LR1F820R 1622576-1 136
LR1F825K 1622576-2 136
LR1F825R 1622577-1 136
LR1F82K 1622578-1 136
LR1F82K5 1622579-1 136
LR1F82R 1622580-1 136
LR1F82R5 1622581-1 136
LR1F845K 1622582-2 136
LR1F845R 1622582-1 136
LR1F84K5 1-1622582-0 136
LR1F866K 1-1622582-1 136
LR1F866R 1-1622582-2 136
LR1F86K6 2-1622582-0 136
LR1F887K 2-1622582-1 136
LR1F887R 2-1622582-2 136
LR1F88K7 2-1622582-3 136
LR1F8K06 1622583-2 136
LR1F8K2 1622583-1 136
LR1F8K25 1622584-1 136
LR1F8K45 1622584-2 136
LR1F8K66 1622585-1 136
LR1F8K87 1622585-3 136
LR1F8M2 1622585-2 136
LR1F8R2 1622587-1 136
LR1F8R45 1622588-1 136
LR1F909K 1622588-9 136
LR1F909R 1-1622588-0 136
LR1F90K9 1-1622588-5 136
LR1F910K 1622589-1 136
LR1F910R 1622590-1 136
LR1F91K 1622591-1 136
LR1F91R 1622592-1 136
LR1F931K 1622593-5 136
LR1F931R 1622593-1 136
LR1F93K1 1622593-2 136
LR1F953K 1622593-3 136
LR1F953R 1622593-4 136
LR1F95K3 1-1622593-0 136
LR1F976K 1622594-3 136
LR1F976R 1622594-1 136
LR1F97K6 1622594-2 136
LR1F9K09 1622595-2 136
LR1F9K1 1622595-1 136
LR1F9K31 1622595-3 136
LR1F9K53 1622596-1 136
LR1F9K76 1-1622596-0 136
LR1F9M1 2-1622596-0 136
LR1F9R1 1622597-1 136
LR1LJR10 1622598-1 136
LR1LJR15 1622599-1 136
LR1LJR22 1622600-1 136
LR1LJR27 1622601-1 136
LR1LJR33 1622602-1 136
LR1LJR39 1622602-2 136
LR1LJR47 1622603-1 136
LR1LJR56 1622604-1 136
LR1LJR68 1622605-1 136
LR2F100K 1622672-1 136
LR2F100R 1622673-1 136
LR2F10K 1622674-1 136
LR2F10R 1622675-1 136
LR2F110K 1622676-1 136
LR2F110R 1622677-1 136
LR2F11K 1622678-1 136
LR2F11R 1622679-1 136
LR2F120K 1622680-1 136
LR2F120R 1622681-1 136
LR2F12K 1622682-1 136
LR2F12R 1622683-1 136
LR2F130K 1622684-1 136
LR2F130R 1622685-1 136

* Please contact your Sales Representative for parts not listed
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LR2F13K 1622686-1 136
LR2F13R 1622687-1 136
LR2F150K 1622688-1 136
LR2F150R 1622689-1 136
LR2F15K 1622690-1 136
LR2F15R 1622691-1 136
LR2F160K 1622692-1 136
LR2F160R 1622693-1 136
LR2F16K 1622694-1 136
LR2F16R 1622695-1 136
LR2F180K 1622696-1 136
LR2F180R 1622697-1 136
LR2F18K 1622698-1 136
LR2F18R 1622699-1 136
LR2F1K0 1622700-1 136
LR2F1K1 1622701-1 136
LR2F1K2 1622702-1 136
LR2F1K3 1622703-1 136
LR2F1K5 1622704-1 136
LR2F1K6 1622705-1 136
LR2F1K8 1622706-1 136
LR2F1M0 1622707-1 136
LR2F200K 1622708-1 136
LR2F200R 1622709-1 136
LR2F20K 1622710-1 136
LR2F20R 1622711-1 136
LR2F220K 1622712-1 136
LR2F220R 1622713-1 136
LR2F22K 1622714-2 136
LR2F22R 1622715-1 136
LR2F240K 1622716-1 136
LR2F240R 1622717-1 136
LR2F24K 1622718-1 136
LR2F24R 1622719-1 136
LR2F270K 1622720-1 136
LR2F270R 1622721-1 136
LR2F27K 1622722-1 136
LR2F27R 1622723-1 136
LR2F2K0 1622724-1 136
LR2F2K2 1622725-1 136
LR2F2K4 1622726-1 136
LR2F2K7 1622727-1 136
LR2F300K 1622728-1 136
LR2F300R 1622729-1 136
LR2F30K 1622730-1 136
LR2F30R 1622731-1 136
LR2F330K 1622732-1 136
LR2F330R 1622733-1 136
LR2F33K 1622734-1 136
LR2F33R 1622735-1 136
LR2F360K 1622736-1 136
LR2F360R 1622737-1 136
LR2F36K 1622738-1 136
LR2F36R 1622739-1 136
LR2F390K 1622740-1 136
LR2F390R 1622741-1 136
LR2F39K 1622742-1 136
LR2F39R 1622743-1 136
LR2F3K0 1622744-1 136
LR2F3K3 1622745-1 136
LR2F3K6 1622746-1 136
LR2F3K9 1622747-1 136
LR2F430K 1622748-1 136
LR2F430R 1622749-1 136
LR2F43K 1622750-1 136
LR2F43R 1622751-1 136
LR2F470K 1622752-1 136
LR2F470R 1622753-1 136
LR2F47K 1622754-1 136
LR2F47R 1622755-1 136
LR2F4K3 1622756-1 136
LR2F4K7 1622757-1 136
LR2F510K 1622758-1 136
LR2F510R 1622759-1 136
LR2F51K 1622760-1 136
LR2F51R 1622761-1 136
LR2F560K 1622762-1 136
LR2F560R 1622763-1 136
LR2F56K 1622764-1 136
LR2F56R 1622765-1 136
LR2F5K1 1622766-1 136
LR2F5K6 1622767-1 136
LR2F620K 1622768-1 136
LR2F620R 1622769-1 136
LR2F62K 1622770-1 136
LR2F62R 1622771-1 136
LR2F680K 1622772-1 136
LR2F680R 1622773-1 136
LR2F68K 1622774-1 136
LR2F68R 1622775-1 136
LR2F6K2 1622776-1 136
LR2F6K8 1622777-1 136

LR2F750K 1622778-1 136
LR2F750R 1622779-1 136
LR2F75K 1622780-1 136
LR2F75R 1622781-1 136
LR2F7K5 1622782-1 136
LR2F820K 1622783-1 136
LR2F820R 1622784-1 136
LR2F82K 1622785-1 136
LR2F82R 1622786-1 136
LR2F8K2 1622787-1 136
LR2F910K 1622788-1 136
LR2F910R 1622789-1 136
LR2F91K 1622790-1 136
LR2F91R 1622791-1 136
LR2F9K1 1622792-1 136
LT300014T2610KJ 1624329-1 161
LT300014T261K0J 1624329-2 161
LT300014T26270RJ 1624329-3 161
LT300016T261K0J 1624329-4 161
LT300016T26330RJ 1624329-7 161
LT300016T26470RJ 1624329-5 161
LT300016T265K1J 1624329-6 161
LT731K0JTG 1624331-1 160
LT731K5JTE 1624332-1 160
LT731K5JTG 1624332-2 160
LT732B3K3JTE 1-1624332-1 160
LT732K0JTG 1624333-1 160
LT7330001K0JTG 1624334-1 160
LT7330001K5JTG 1624335-1 160
LT7330002K0JTG 1624336-1 160
LT7330003K0JTG 1624337-1 160
LT7339002B680RJTE 1-1624332-0 160
LT733K0JTE 1624338-1 160
LT733K0JTG 1624338-2 160
LT73510RJTE 1624339-1 160
LT73680RJTE 1624340-1 160
LT73680RJTG 1624340-2 160
LT73820RJTE 1624341-1 160
MC1-10K-10%-11/16"-PL 1-1625930-6 239
MC1-10K-10%-16MM-SL 1-1625930-0 239
MC1-10K-10%-2"-PL 2-1625930-1 239
MC1-10K-10%-20MM-SL 2-1625930-9 239
MC1-10K-10%-25MM-PL 1625930-7 239
MC1-10K-20%-25MM-PL 1-1625930-9 239
MC1-1K-10%-1"-PL 1625930-3 239
MC1-1K-10%-16MM-SL 1625930-5 239
MC1-1K-10%-25MM-PL 3-1625930-2 239
MC1-1K-10%-7/8"-FL 3-1625930-1 239
MC1-1M-10%-16MM-SL 2-1625930-5 239
MC1-220R-10%-25mm-PL 1625930-6 239
MC1-22K-10%-20MM-SL 2-1625930-3 239
MC1-22K-10%-5/8"-FL 1-1625930-3 239
MC1-22K-10%-5/8"-SL 2-1625930-4 239
MC1-2K2-10%-1"-DR 2-1625930-0 239
MC1-2K2-10%-1"-PL 1-1625930-4 239
MC1-470R-10%-1"-PL 1625930-2 239
MC1-47K-10%-20MM-PL 1625930-9 239
MC1-47K-10%-25MM-PL 1-1625930-5 239
MC1-47R-10%-20MM-PL 1-1625930-2 239
MC1-4K7-10%-1"-DR 2-1625930-7 239
MC1-4K7-10%-1/2"-SL 1-1625930-7 239
MC1-4K7-10%-16MM-SL 1625930-8 239
MC1-4K7-10%-20MM-SL 3-1625930-0 239
MC1-4K7-10%-22MM-SL 2-1625930-8 239
MC1-4K7-10%-25MM-PL 3-1625930-3 239
MC1-500R-10%-16MM-SL 1625930-4 239
MC1-500R-20%-1"-PL 1625930-1 239
MCNC48102J 2-1622819-1 134
MCNC48103J 1622819-1 134
MCNC48104F 1622819-2 134
MCNC48472J 2-1622819-2 134
MCNT48330J 1622819-3 134
MCNT48473J 1622819-4 134
MCNY48101J 1622819-5 134
MCNY48102J 1622819-6 134
MCNY48103J 1622819-7 134
MCNY48104J 1622819-8 134
MCNY48151J 1622819-9 134
MCNY48220J 1-1622819-0 134
MCNY48221J 1-1622819-1 134
MCNY48222J 1-1622819-2 134
MCNY48223J 1-1622819-3 134
MCNY48330J 1-1622819-4 134
MCNY48331J 1-1622819-5 134
MCNY48332J 2-1622819-0 134
MCNY48470J 1-1622819-6 134
MCNY48471J 1-1622819-7 134
MCNY48472J 1-1622819-8 134
MCNY48473J 1-1622819-9 134
MCU-100K-10%-1"-PL 2-1625931-5 239
MCU-100K-10%-1"-SL 4-1625931-5 239
MCU-100K-10%-5/8"-SL2-1625931-1 239

MCU-100R-10%-1"-PL 2-1625931-6 239
MCU-10K-10%-1"-PL 3-1625931-1 239
MCU-10K-10%-5/8"-SL 1-1625931-9 239
MCU-10K-10%-6X40MM-FL 4-1625931-4 239
MCU-10R-10%-1"-PL 3-1625931-6 239
MCU-10R-10%-5/8"-SL 4-1625931-2 239
MCU-1K-10%-1"-PL 2-1625931-8 239
MCU-1K-10%-16MM-SL 4-1625931-6 239
MCU-1M-10%-1"-PL 3-1625931-5 239
MCU-1M-10%-1.5"-PL 4-1625931-1 239
MCU-1M-10%-5/8"-SL 2-1625931-3 239
MCU-220K-10%-1"-PL 3-1625931-4 239
MCU-220K-10%-5/8"-SL 2-1625931-2 239
MCU-220R-10%-1"-PL 3-1625931-9 239
MCU-22K-10%-1"-PL 3-1625931-2 239
MCU-22R-10%-1"PL 3-1625931-7 239
MCU-22R-10%-5/8"-SL 4-1625931-3 239
MCU-2K2-10%-1"-PL 2-1625931-9 239
MCU-2K2-10%-5/8"-SL 1-1625931-7 239
MCU-470K-10%-1"-PL 2-1625931-4 239
MCU-470R-10%-1"-PL 2-1625931-7 239
MCU-47K-10%-1"-PL 3-1625931-3 239
MCU-47K-10%-5/8"-SL 2-1625931-0 239
MCU-47R-10%-1"-PL 3-1625931-8 239
MCU-4K7-10%-1"-PL 3-1625931-0 239
MCU-4K7-10%-5/8"-SL 1-1625931-8 239
ME130150RJ 1623810-2 66
ME1801K25JHF 1623810-1 66
ME22022RJH 1623811-1 66
ME3050RJTB 1623812-1 66
ME3802K856JH 1623813-1 66
ME90L1K0J 1623814-2 66
ME90S2K7JV 1623814-1 66
MF13015KJC 1623815-1 66
MPC108100J 1623775-1 72
MPC108103J 1623775-2 72
MPC1081R0J 1623775-3 72
MPC108200J 1623775-4 72
MPC108500J 1623775-5 72
MPC1085R0J 1623775-6 72
MPC321K0J 1676729-1 72
MPC52100J 1623776-1 72
MPC52101J 1623776-2 72
MPC52102F 2-1623776-1 72
MPC52102J 1623776-3 72
MPC52103J 1623776-4 72
MPC52150J 1623776-5 72
MPC521R0J 1623776-6 72
MPC521R8J 1623776-7 72
MPC52200J 1623776-8 72
MPC52201J 1623776-9 72
MPC52202J 1-1623776-0 72
MPC52203J 1-1623776-1 72
MPC522R0J 1-1623776-2 72
MPC52330J 1-1623776-3 72
MPC52333J 1-1623776-4 72
MPC52500J 1-1623776-5 72
MPC52501J 1-1623776-6 72
MPC52502J 1-1623776-7 72
MPC52503J 1-1623776-8 72
MPC525R0J 1-1623776-9 72
MPC525R6J 2-1623776-0 72
MPC75100J 1623777-1 72
MPC75103J 1623777-2 72
MPC75201J 1623777-6 72
MPC75500J 1623777-3 72
MPC75501J 1623777-4 72
MPC7568RJ 1623777-5 72
MPH34382510RBK 1623824-1 84
MPH3438251R0BK 1623824-2 84
MPH343825R001JA 1623824-3 84
MPH343825R002JA 1623824-4 84
MPH343825R015JK 1623824-5 84
MPH343825R01BK 1623824-6 84
MPH343825R10BK 1623824-7 84
MPH343825R12DA 1623824-8 84
MPH343825R30BA 1623824-9 84
MPR20A1R0J 1623809-1 80
MPR20A2R2J 1623809-2 80
MPR20A2R7J 3-1623809-4 80
MPR20A3R3J 1623809-3 80
MPR20A4R7J 1623809-4 80
MPR20A6R8J 3-1623809-3 80
MPR20C100RF 2-1623809-9 80
MPR20C100RJ 1623809-5 80
MPR20C10KJ 1623809-6 80
MPR20C10RJ 1623809-7 80
MPR20C15KJ 1623809-8 80
MPR20C15RJ 1623809-9 80
MPR20C18RJ 1-1623809-0 80
MPR20C1K0J 1-1623809-1 80
MPR20C200RJ 3-1623809-6 80

MPR20C20RF 3-1623809-2 80
MPR20C220RJ 1-1623809-2 80
MPR20C22RJ 1-1623809-3 80
MPR20C2K2J 1-1623809-4 80
MPR20C330RJ 1-1623809-5 80
MPR20C33KJ 1-1623809-6 80
MPR20C33RJ 1-1623809-7 80
MPR20C470RJ 1-1623809-8 80
MPR20C47RJ 1-1623809-9 80
MPR20C4K7J 2-1623809-0 80
MPR20C56RJ 2-1623809-8 80
MPR20C75RF 3-1623809-0 80
MPR20C75RJ 3-1623809-1 80
MPR20H10RJ 2-1623809-1 80
MPR20H47RJ 3-1623809-5 80
MPR20HR22J 2-1623809-6 80
MPR20HR47J 2-1623809-7 80
MRS100RB 1624122-4 16
MRS100RF 1624122-8 16
MRS10KB 1624122-1 16
MRS1K0B 1624122-2 16
MRS22KB 1624122-5 16
MRS2K2B 1624122-6 16
MRS3K3F 1624122-9 16
MRS4K7B 1624122-7 16
MRS7K5B 1624122-3 16
MT90L1R1K 1623816-1 66
MT90L1R1KV 1623816-2 66
NHSA1012RG 1625967-1 60
NHSA2510RK 1625973-1 60
NHSA2512RJ 1-1625973-1 60
NHSA251R5J 1625973-2 60
NHSA25330RJ 1625973-3 60
NHSA25R10J 1625973-4 60
NHSA25R33E 1625973-5 60
NHSA5010RF 1625985-1 60
NHSA5010RJ 1625985-2 60
NHSA50120RJ 1625985-3 60
NHSA50121RF 2-1625985-9 60
NHSA50128RF 1625985-4 60
NHSA50158RF 1625985-5 60
NHSA50160RF 1625985-6 60
NHSA5016RF 1625985-7 60
NHSA50190RF 1625985-8 60
NHSA501K024F 1625985-9 60
NHSA501K0F 1-1625985-0 60
NHSA501R0F 4-1625985-0 60
NHSA501R74F 1-1625985-1 60
NHSA5020RJ 1-1625985-2 60
NHSA50211RF 1-1625985-3 60
NHSA5022RJ 1-1625985-4 60
NHSA50247RF 3-1625985-0 60
NHSA50256RF 1-1625985-5 60
NHSA5025RJ 3-1625985-4 60
NHSA50270RF 3-1625985-3 60
NHSA502R0F 1-1625985-6 60
NHSA5030RJ 1-1625985-7 60
NHSA5032RF 1-1625985-8 60
NHSA50369RF 3-1625985-9 60
NHSA5039RK 1-1625985-9 60
NHSA5047RJ 2-1625985-0 60
NHSA504R0F 2-1625985-1 60
NHSA50512RF 2-1625985-2 60
NHSA5051RF 3-1625985-1 60
NHSA50614RF 3-1625985-2 60
NHSA5064RF 2-1625985-3 60
NHSA508R0F 2-1625985-4 60
NHSA5095RF 2-1625985-5 60
NHSA509R1F 3-1625985-5 60
NHSA50R15J 2-1625985-6 60
NHSA50R30F 2-1625985-7 60
NHSA50R68J 2-1625985-8 60
NHSA5100RF 1625964-3 60
NHSA5300RJ 1625964-4 60
NHSA5R10F 1625964-1 60
NHSA5R20J 1625964-2 60
NHSB515RJ 1630974-1 60
NHSC100100RJ 1-1630001-1 60
NHSC100180RJ 1630001-1 60
NHSC10018RF 1630001-8 60
NHSC1001K8J 1630001-5 60
NHSC1001R0F 1630001-2 60
NHSC1001RJ 1-1630001-0 60
NHSC10022RJ 1630001-7 60
NHSC10027RJ 1630001-3 60
NHSC1004K7J 1630001-6 60
NHSC1005RJ 1630001-9 60
NHSC1008R2K 1630001-4 60
NHSC1501R2G 1630013-1 60
NHSC20015RJ 1630020-5 60
NHSC2001R0J 1630020-1 60
NHSC2001R47F 1630020-2 60

* Please contact your Sales Representative for parts not listed
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NHSC2002R2F 1630020-3 60
NHSC2005R6J 1630020-4 60
NHSC2504R0E 1630891-1 60
NHSC25050RF 1630891-2 60
NHSC300100RJ 1630028-8 60
NHSC30010RJ 1630028-7 60
NHSC30011RJ 1630028-1 60
NHSC30012RJ 1630028-2 60
NHSC30015RJ 1630028-3 60
NHSC3001K5J 1630028-4 60
NHSC3004K7J 1630028-5 60
NHSC3005R6J 1630028-6 60
NTC0603J150K 1624343-1 158
NTC0603J33K 1624343-2 158
NTC0805J100K 1624344-2 158
NTC0805J10K 1624345-1 158
NTC0805J150K 1624346-2 158
NTC0805J150R 1624347-1 158
NTC0805J15K 1624348-2 158
NTC0805J1K0 1624349-1 158
NTC0805J1K5 1624350-2 158
NTC0805J20K 1624351-1 158
NTC0805J220R 1624352-1 158
NTC0805J22K 1624353-2 158
NTC0805J2K0 1624354-2 158
NTC0805J2K2 1624355-2 158
NTC0805J2K5 1624356-2 158
NTC0805J30K 1624357-2 158
NTC0805J330R 1624358-2 158
NTC0805J33K 1624359-2 158
NTC0805J3K0 1624360-2 158
NTC0805J3K3 1624361-2 158
NTC0805J470R 1624362-1 158
NTC0805J4K7 1624364-2 158
NTC0805J5K0 1624365-1 158
NTC0805J680R 1624366-2 158
NTC0805J68K 1624367-2 158
NTC0805J6K8 1624368-2 158
PC610H501AP20LF 1-1624231-1 221
PC610H502AP15LF 1-1624231-2 221
PC610H502BC20LF 1-1624231-3 221
PC610V103AK30LF 1-1624231-7 221
PC908-100K-20%-LOG 1625938-4 247
PC908-10K-20%-LIN 1625938-1 247
PC908-10K-20%-LOG 1625938-3 247
PC908-220R-20%-LIN 1625938-5 247
PC908-470R-20%-LIN 1625938-2 247
PC910-100K-20%-LIN 1-1625939-7 216
PC910-10K-20%-LIN 1-1625939-4 216
PC910-1K-20%-LIN 1-1625939-6 216
PC910-220R-20%-LIN 1-1625939-8 216
PC910-2K2-20%-LIN 1-1625939-5 216
PC910-47K-20%-LIN 1-1625939-9 216
PC910-4K7-20%-LIN 2-1625939-0 216
PC911-100K-20%-LIN 1625940-1 216
PC911-100R-20%-LIN 1625940-8 216
PC911-10K-20%-LIN 1625940-4 216
PC911-1K-20%-LIN 1625940-2 216
PC911-1M-20%-LIN 1625940-6 216
PC911-22K-20%-LIN 1625940-7 216
PC911-470K-20%-LIN 1625940-5 216
PC911-4K7-20%-LIN 1625940-3 216
RCS-0C 1625854-1 168
RCT-0C 1625854-2 168
RCU-0C 1625854-3 168
RGP0207CHJ100M 1623708-1 111
RGP0207CHJ10M 1623708-2 111
RGP0207CHJ15M 1623708-3 111
RGP0207CHJ1M5 1623708-4 111
RGP0207CHJ22M 1623708-5 111
RGP0207CHJ2M2 1-1623708-4 111
RGP0207CHJ300M 1-1623708-6 111
RGP0207CHJ33M 1623708-6 111
RGP0207CHJ3M3 1-1623708-3 111
RGP0207CHJ470M 1623708-7 111
RGP0207CHJ47M 1623708-8 111
RGP0207CHJ4M7 1623708-9 111
RGP0207CHJ510M 1-1623708-7 111
RGP0207CHJ56M 1-1623708-5 111
RGP0207CHJ68M 1-1623708-0 111
RGP0207CHJ82M 1-1623708-1 111
RGP0207CHK1G0 1-1623708-2 111
RH73G1J1M0FTN 1625855-1 133
RH73H1J100MJTN 1625855-2 133
RH73H2A100MJTN 1625856-1 133
RH73H2A100MKTN 1625856-2 133
RH73H2A15MKTN 1625856-3 133
RH73H2A20MKTN 1625856-4 133
RH73H2A30MKTN 1625856-5 133
RH73H2A40MKTN 1625856-6 133
RH73H2A50MJTE 1625856-7 133
RH73H2A50MKTN 1625856-8 133

RH73H2A50MMTN 1625856-9 133
RH73H2B100MJ 1625857-1 133
RH73H2B100MKTN 1625857-2 133
RH73H2B15MMTN 1625857-3 133
RH73H3AR62FTE 1-1622824-5 133
RH73U1G0KTN 1625858-2 133
RH73U1J33MJTN 1625858-1 133
RH73U2A100MKTN 1625859-1 133
RH73U2A100MMTN 1625859-2 133
RH73U2A10MJTD 1622818-1 133
RH73U2A1G0JTN 1622818-6 133
RH73U2A200MJTN 1622818-5 133
RH73U2A20MGTN 1625859-6 133
RH73U2A20MMTG 1625859-4 133
RH73U2A2M2JTD 1622818-2 133
RH73U2A4M7JTD 1622818-3 133
RH73U2A500MKTN 1625859-5 133
RH73U2A500MMTN 1625859-3 133
RH73U2A6M8JTD 1622818-4 133
RH73U2B1G0JTN 1625860-4 133
RH73U2B200MKTN 1625860-1 133
RH73U2B220MKTN 1625860-2 133
RH73U2B390MKTN 1625860-3 133
RH73W2A100MMTN 1-1625861-2 133
RH73W2A10GKTN 1-1625861-0 133
RH73W2A15MMTN 1625861-1 133
RH73W2A1G0JTN 1625861-2 133
RH73W2A1G0KTN 1625861-7 133
RH73W2A1G0MTD 1-1625861-1 133
RH73W2A1G0MTN 1625861-8 133
RH73W2A1GNTN 1625861-3 133
RH73W2A500MKTN 1625861-4 133
RH73W2A500MNTN 1625861-5 133
RH73W2A50MMTN 1625861-9 133
RH73W2A5GNTN 1625861-6 133
RH73X2A10GNTN 1625862-1 133
RH73X2A20GNTN 1625862-2 133
RH73X2A33GKTN 1625862-3 133
RH73X2A50GNTN 1625862-4 133
RH73X2B10GJTN 1625862-5 133
RH73X2B10GKTN 1625862-8 133
RH73X2B2G0KTN 1625862-6 133
RH73X2B5G0KTN 1625862-7 133
RL73H2AR22FTD 1-1622824-7 32
RL73H2B1R2FTD 1622824-4 32
RL73H2BR18FTD 1-1622824-9 32
RL73H2BR33FTD 2-1622824-0 32
RL73H2BR68FTD 1-1622824-3 32
RL73H2BR91FTD 1-1622824-8 32
RL73H2E6R19FTE 1622824-8 32
RL73H2HR20FTE 1622824-9 32
RL73H2HR33GTE 1-1622824-0 32
RL73H3AR22FTE 1-1622824-4 32
RL73H3AR33FTE 1-1622824-1 32
RL73H3AR47FTE 1-1622824-6 32
RL73H3AR56FTE 2-1622824-1 32
RL73K1ER15JTD 5-1622824-1 32
RL73K1ER18JTD 5-1622824-2 32
RL73K1ER22JTD 5-1622824-3 32
RL73K1ER27JTD 5-1622824-4 32
RL73K1ER33JTD 5-1622824-5 32
RL73K1ER39JTD 5-1622824-6 32
RL73K1ER47JTD 5-1622824-7 32
RL73K1ER56JTD 5-1622824-8 32
RL73K1ER68JTD 5-1622824-9 32
RL73K1ER82JTD 5-1622824-0 32
RL73K1JR10JTD 6-1622824-1 32
RL73K1JR12JTD 6-1622824-2 32
RL73K1JR15JTD 6-1622824-3 32
RL73K1JR18JTD 6-1622824-4 32
RL73K1JR22JTD 6-1622824-5 32
RL73K1JR27JTD 6-1622824-6 32
RL73K1JR33JTD 6-1622824-7 32
RL73K1JR39JTD 6-1622824-8 32
RL73K1JR47JTD 6-1622824-9 32
RL73K1JR56JTD 6-1622824-0 32
RL73K1JR68JTD 7-1622824-1 32
RL73K1JR82JTD 7-1622824-2 32
RL73K2A1R0JTD 3-1622825-3 32
RL73K2A1R5JTD 3-1622825-4 32
RL73K2A2R2JTD 3-1622825-5 32
RL73K2A3R3JTD 3-1622825-6 32
RL73K2A4R7JTD 3-1622825-7 32
RL73K2A6R8JTD 3-1622825-8 32
RL73K2AR10GTD 3-1622825-2 32
RL73K2AR10JTD 1622825-1 32
RL73K2AR12JTD 5-1622825-4 32
RL73K2AR15JTD 1622825-2 32
RL73K2AR18JTD 5-1622825-5 32
RL73K2AR22JTD 5-1622825-6 32
RL73K2AR27JTD 5-1622825-7 32
RL73K2AR33JTD 5-1622825-8 32

RL73K2AR39JTD 5-1622825-9 32
RL73K2AR47JTD 6-1622825-1 32
RL73K2AR56JTD 6-1622825-2 32
RL73K2AR68JTD 6-1622825-3 32
RL73K2AR82JTD 6-1622825-4 32
RL73K2B1R5JTD 3-1622825-9 32
RL73K2B1R8JTD 4-1622825-0 32
RL73K2BR10JTD 6-1622825-5 32
RL73K2BR12GTD 1622825-4 32
RL73K2BR12JTD 6-1622825-6 32
RL73K2BR15GTD 5-1622825-3 32
RL73K2BR15JTD 6-1622825-7 32
RL73K2BR18JTD 6-1622825-8 32
RL73K2BR20JTD 1622825-5 32
RL73K2BR22JTD 6-1622825-9 32
RL73K2BR27JTD 7-1622825-0 32
RL73K2BR33JTD 7-1622825-1 32
RL73K2BR39JTD 7-1622825-2 32
RL73K2BR47JTD 7-1622825-3 32
RL73K2BR56JTD 7-1622825-4 32
RL73K2BR68JTD 3-1622825-1 32
RL73K2BR82JTD 3-1622825-0 32
RL73K2ER10JTD 7-1622825-6 32
RL73K2ER82GTE 1622825-6 32
RL73K3A3R0JTE 1622825-7 32
RL73K3AR10GTE 1622825-8 32
RL73K3AR10JTE 4-1622825-1 32
RL73K3AR12JTE 4-1622825-2 32
RL73K3AR13GTE 1-1622825-1 32
RL73K3AR15JTE 4-1622825-3 32
RL73K3AR18GTE 1-1622825-3 32
RL73K3AR18JTE 4-1622825-4 32
RL73K3AR20GTE 1-1622825-5 32
RL73K3AR22JTE 4-1622825-5 32
RL73K3AR24JTE 1-1622825-7 32
RL73K3AR27JTE 4-1622825-6 32
RL73K3AR33JTE 4-1622825-7 32
RL73K3AR36GTE 2-1622825-0 32
RL73K3AR39JTE 4-1622825-8 32
RL73K3AR47JTE 4-1622825-9 32
RL73K3AR51JTE 2-1622825-3 32
RL73K3AR56JTE 5-1622825-0 32
RL73K3AR68JTE 5-1622825-1 32
RL73K3AR82JTE 5-1622825-2 32
RN731J43R2BTG 7-1614353-3 6
RN73A2A100RBTDF 1676731-1 6
RN73A2A20K5BTD 1676731-3 6
RN73A2A75RBTDF 1676731-2 6
RN73A2B499RBTDF 1879015-1 6
RN73C1J100KBTG 1-1614349-3 6
RN73C1J100RBTDF 4-1614349-3 6
RN73C1J100RBTG 1614349-2 6
RN73C1J102KBTG 1-1614349-4 6
RN73C1J102RBTG 1614349-3 6
RN73C1J105KBTG 1-1614349-5 6
RN73C1J105RBTG 1614349-4 6
RN73C1J107KBTG 1-1614349-6 6
RN73C1J107RBTG 1614349-5 6
RN73C1J10K2BTG 1614349-6 6
RN73C1J10K5BTG 1614349-7 6
RN73C1J10K7BTG 1614349-8 6
RN73C1J10KBTD 1614349-1 6
RN73C1J10KBTDF 4-1614349-2 6
RN73C1J10KBTG 1614349-9 6
RN73C1J10R2BTG 1-1614349-0 6
RN73C1J10R5BTG 1-1614349-1 6
RN73C1J10R7BTG 1-1614349-2 6
RN73C1J10RBTD 1614350-1 6
RN73C1J10RBTG 1614350-2 6
RN73C1J110KBTG 1-1614349-7 6
RN73C1J110RBTG 1614350-3 6
RN73C1J113KBTG 1-1614349-8 6
RN73C1J113RBTG 1614350-4 6
RN73C1J115KBTG 1-1614349-9 6
RN73C1J115RBTG 1614350-5 6
RN73C1J118KBTG 2-1614349-0 6
RN73C1J118RBTG 1614350-6 6
RN73C1J11K3BTG 1614350-7 6
RN73C1J11K5BTG 1614350-8 6
RN73C1J11K8BTG 1614350-9 6
RN73C1J11KBTG 1-1614350-0 6
RN73C1J11R3BTG 1-1614350-1 6
RN73C1J11R5BTG 1-1614350-2 6
RN73C1J11R8BTG 1-1614350-3 6
RN73C1J11RBTG 1-1614350-4 6
RN73C1J121KBTG 2-1614349-1 6
RN73C1J121RBTG 1-1614350-5 6
RN73C1J124KBTG 2-1614349-2 6
RN73C1J124RBTG 1-1614350-6 6
RN73C1J127KBTG 2-1614349-3 6
RN73C1J127RBTG 1-1614350-7 6
RN73C1J12K1BTG 1-1614350-8 6

RN73C1J12K4BTG 1-1614350-9 6
RN73C1J12K7BTG 2-1614350-1 6
RN73C1J12R1BTG 2-1614350-2 6
RN73C1J12R4BTG 2-1614350-3 6
RN73C1J12R7BTG 2-1614350-4 6
RN73C1J130KBTG 2-1614349-4 6
RN73C1J130RBTG 2-1614350-5 6
RN73C1J133KBTG 2-1614349-5 6
RN73C1J133RBTG 2-1614350-6 6
RN73C1J137KBTG 2-1614349-6 6
RN73C1J137RBTG 2-1614350-7 6
RN73C1J13K3BTG 2-1614350-8 6
RN73C1J13K7BTG 2-1614350-9 6
RN73C1J13KBTG 3-1614350-0 6
RN73C1J13R3BTG 3-1614350-1 6
RN73C1J13R7BTG 3-1614350-2 6
RN73C1J13RBTG 3-1614350-3 6
RN73C1J140KBTG 2-1614349-7 6
RN73C1J140RBTG 3-1614350-4 6
RN73C1J143KBTG 2-1614349-8 6
RN73C1J143RBTG 3-1614350-5 6
RN73C1J147KBTG 2-1614349-9 6
RN73C1J147RBTG 3-1614350-6 6
RN73C1J14K3BTG 3-1614350-7 6
RN73C1J14K7BTG 3-1614350-8 6
RN73C1J14KBTG 3-1614350-9 6
RN73C1J14R3BTG 4-1614350-0 6
RN73C1J14R7BTG 4-1614350-1 6
RN73C1J14RBTG 4-1614350-2 6
RN73C1J150KBTG 3-1614349-0 6
RN73C1J150RBTDF 8-1614350-0 6
RN73C1J150RBTG 4-1614350-3 6
RN73C1J154KBTG 3-1614349-1 6
RN73C1J154RBTG 4-1614350-4 6
RN73C1J158KBTG 3-1614349-2 6
RN73C1J158RBTG 4-1614350-5 6
RN73C1J15K4BTG 4-1614350-6 6
RN73C1J15K8BTG 4-1614350-7 6
RN73C1J15KBTD 2-1614350-0 6
RN73C1J15KBTG 4-1614350-8 6
RN73C1J15R4BTG 4-1614350-9 6
RN73C1J15R8BTG 5-1614350-0 6
RN73C1J15RBTG 5-1614350-1 6
RN73C1J162KBTG 3-1614349-3 6
RN73C1J162RBTG 5-1614350-2 6
RN73C1J165KBTG 3-1614349-4 6
RN73C1J165RBTG 5-1614350-3 6
RN73C1J169KBTG 3-1614349-5 6
RN73C1J169RBTG 5-1614350-4 6
RN73C1J16K2BTG 5-1614350-5 6
RN73C1J16K5BTG 5-1614350-6 6
RN73C1J16K9BTG 5-1614350-7 6
RN73C1J16R2BTG 5-1614350-8 6
RN73C1J16R5BTG 5-1614350-9 6
RN73C1J16R9BTG 6-1614350-0 6
RN73C1J174KBTG 3-1614349-6 6
RN73C1J174RBTG 6-1614350-1 6
RN73C1J178KBTG 3-1614349-7 6
RN73C1J178RBTG 6-1614350-2 6
RN73C1J17K4BTG 6-1614350-3 6
RN73C1J17K8BTG 6-1614350-4 6
RN73C1J17R4BTG 6-1614350-5 6
RN73C1J17R8BTG 6-1614350-6 6
RN73C1J182KBTG 3-1614349-8 6
RN73C1J182RBTG 6-1614350-7 6
RN73C1J187KBTG 3-1614349-9 6
RN73C1J187RBTG 6-1614350-8 6
RN73C1J18K2BTG 6-1614350-9 6
RN73C1J18K7BTG 7-1614350-0 6
RN73C1J18R2BTG 7-1614350-1 6
RN73C1J18R7BTG 7-1614350-2 6
RN73C1J191KBTG 4-1614349-0 6
RN73C1J191RBTG 7-1614350-3 6
RN73C1J196KBTG 4-1614349-1 6
RN73C1J196RBTG 7-1614350-4 6
RN73C1J19K1BTG 7-1614350-5 6
RN73C1J19K6BTG 7-1614350-6 6
RN73C1J19R1BTG 7-1614350-7 6
RN73C1J19R6BTG 7-1614350-8 6
RN73C1J1K02BTG 7-1614350-9 6
RN73C1J1K05BTG 2-1614351-1 6
RN73C1J1K07BTG 2-1614351-0 6
RN73C1J1K0BTDF 3-1614351-3 6
RN73C1J1K0BTG 1-1614351-9 6
RN73C1J1K13BTG 1-1614351-8 6
RN73C1J1K15BTG 1-1614351-7 6
RN73C1J1K18BTG 1-1614351-6 6
RN73C1J1K1BTDF 3-1614351-4 6
RN73C1J1K1BTG 1-1614351-5 6
RN73C1J1K21BTG 1-1614351-4 6
RN73C1J1K24BTG 1-1614351-3 6
RN73C1J1K27BTG 1-1614351-2 6

* Please contact your Sales Representative for parts not listed
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RN73C1J1K33BTG 1-1614351-1 6
RN73C1J1K37BTG 1-1614351-0 6
RN73C1J1K3BTDF 3-1614351-5 6
RN73C1J1K3BTG 1614351-9 6
RN73C1J1K43BTG 1614351-8 6
RN73C1J1K47BTG 1614351-7 6
RN73C1J1K4BTG 1614351-6 6
RN73C1J1K54BTG 1614351-5 6
RN73C1J1K58BTG 1614351-4 6
RN73C1J1K5BTG 1614351-3 6
RN73C1J1K62BTG 1614351-2 6
RN73C1J1K65BTD 1614351-1 6
RN73C1J1K65BTG 2-1614351-2 6
RN73C1J1K69BTG 2-1614351-3 6
RN73C1J1K74BTG 2-1614351-4 6
RN73C1J1K78BTG 2-1614351-5 6
RN73C1J1K82BTG 2-1614351-6 6
RN73C1J1K87BTG 2-1614351-7 6
RN73C1J1K91BTG 2-1614351-8 6
RN73C1J1K96BTG 2-1614351-9 6
RN73C1J200KBTG 3-1614351-6 6
RN73C1J200RBTG 3-1614351-0 6
RN73C1J205KBTG 3-1614351-7 6
RN73C1J205RBTG 3-1614351-1 6
RN73C1J20K5BTG 3-1614351-2 6
RN73C1J20KBTD 1614352-1 6
RN73C1J20KBTDF 5-1614352-6 6
RN73C1J20KBTG 1614352-2 6
RN73C1J20R5BTG 1614352-3 6
RN73C1J20RBTG 1614352-4 6
RN73C1J210KBTG 6-1614352-7 6
RN73C1J210RBTG 1614352-5 6
RN73C1J215KBTG 5-1614352-7 6
RN73C1J215RBTG 1614352-6 6
RN73C1J21K5BTG 1614352-7 6
RN73C1J21KBTG 1614352-8 6
RN73C1J21R5BTG 1614352-9 6
RN73C1J21RBTDF 5-1614352-5 6
RN73C1J21RBTG 1-1614352-0 6
RN73C1J221KBTG 5-1614352-8 6
RN73C1J221RBTG 1-1614352-1 6
RN73C1J226KBTG 5-1614352-9 6
RN73C1J226RBTG 1-1614352-2 6
RN73C1J22K1BTG 1-1614352-3 6
RN73C1J22K6BTG 1-1614352-4 6
RN73C1J22R1BTG 1-1614352-5 6
RN73C1J22R6BTG 1-1614352-6 6
RN73C1J232KBTG 6-1614352-0 6
RN73C1J232RBTG 1-1614352-7 6
RN73C1J237KBTG 6-1614352-1 6
RN73C1J237RBTG 1-1614352-8 6
RN73C1J23K2BTG 1-1614352-9 6
RN73C1J23K7BTG 2-1614352-0 6
RN73C1J23R2BTG 2-1614352-1 6
RN73C1J23R7BTG 2-1614352-2 6
RN73C1J243KBTG 6-1614352-2 6
RN73C1J243RBTG 2-1614352-3 6
RN73C1J249KBTG 6-1614352-3 6
RN73C1J249RBTG 2-1614352-4 6
RN73C1J24K3BTG 2-1614352-5 6
RN73C1J24K9BTG 2-1614352-6 6
RN73C1J24R3BTG 2-1614352-7 6
RN73C1J24R9BTG 2-1614352-8 6
RN73C1J255KBTG 6-1614352-4 6
RN73C1J255RBTG 2-1614352-9 6
RN73C1J25K5BTG 3-1614352-0 6
RN73C1J25R5BTG 3-1614352-1 6
RN73C1J261KBTG 6-1614352-5 6
RN73C1J261RBTG 3-1614352-2 6
RN73C1J267KBTG 6-1614352-6 6
RN73C1J267RBTG 3-1614352-3 6
RN73C1J26K1BTG 3-1614352-4 6
RN73C1J26K7BTG 3-1614352-5 6
RN73C1J26R1BTG 3-1614352-6 6
RN73C1J26R7BTG 3-1614352-7 6
RN73C1J274RBTG 3-1614352-8 6
RN73C1J27K4BTG 3-1614352-9 6
RN73C1J27R4BTG 4-1614352-0 6
RN73C1J280RBTG 4-1614352-1 6
RN73C1J287RBTG 4-1614352-2 6
RN73C1J28K7BTG 4-1614352-3 6
RN73C1J28KBTG 4-1614352-4 6
RN73C1J28R7BTG 4-1614352-5 6
RN73C1J28RBTG 4-1614352-6 6
RN73C1J294RBTG 4-1614352-7 6
RN73C1J29K4BTG 4-1614352-8 6
RN73C1J29R4BTG 4-1614352-9 6
RN73C1J2K05BTG 5-1614352-0 6
RN73C1J2K0BTD 1614353-1 6
RN73C1J2K0BTG 5-1614352-1 6
RN73C1J2K15BTG 5-1614352-2 6
RN73C1J2K1BTG 5-1614352-3 6

RN73C1J2K21BTG 5-1614352-4 6
RN73C1J2K26BTG 1614353-2 6
RN73C1J2K32BTG 1614353-3 6
RN73C1J2K37BTG 1614353-4 6
RN73C1J2K43BTG 1614353-5 6
RN73C1J2K49BTG 1614353-6 6
RN73C1J2K55BTG 1614353-7 6
RN73C1J2K61BTG 1614353-8 6
RN73C1J2K67BTG 1614353-9 6
RN73C1J2K74BTG 1-1614353-0 6
RN73C1J2K87BTG 1-1614353-1 6
RN73C1J2K8BTG 1-1614353-2 6
RN73C1J2K94BTG 1-1614353-3 6
RN73C1J301RBTG 1-1614353-4 6
RN73C1J309RBTG 1-1614353-5 6
RN73C1J30K1BTG 1-1614353-6 6
RN73C1J30K9BTG 1-1614353-7 6
RN73C1J30R1BTG 1-1614353-8 6
RN73C1J30R9BTG 1-1614353-9 6
RN73C1J316RBTG 2-1614353-0 6
RN73C1J31K6BTG 2-1614353-1 6
RN73C1J31R6BTG 2-1614353-2 6
RN73C1J324RBTG 2-1614353-3 6
RN73C1J32K4BTG 2-1614353-4 6
RN73C1J32R4BTG 2-1614353-5 6
RN73C1J332RBTG 2-1614353-6 6
RN73C1J33K2BTG 2-1614353-7 6
RN73C1J33KBTD 9-1614353-5 6
RN73C1J33KBTDF 9-1614353-4 6
RN73C1J33R2BTG 2-1614353-8 6
RN73C1J340RBTG 2-1614353-9 6
RN73C1J348RBTG 3-1614353-0 6
RN73C1J34K8BTG 3-1614353-1 6
RN73C1J34KBTG 3-1614353-2 6
RN73C1J34R8BTG 3-1614353-3 6
RN73C1J34RBTG 3-1614353-4 6
RN73C1J357RBTG 3-1614353-5 6
RN73C1J35K7BTG 3-1614353-6 6
RN73C1J35R7BTG 3-1614353-7 6
RN73C1J365RBTG 3-1614353-8 6
RN73C1J36K5BTG 3-1614353-9 6
RN73C1J36R5BTG 4-1614353-0 6
RN73C1J374RBTG 4-1614353-1 6
RN73C1J37K4BTG 4-1614353-2 6
RN73C1J37R4BTG 4-1614353-3 6
RN73C1J383RBTG 4-1614353-4 6
RN73C1J38K3BTG 4-1614353-5 6
RN73C1J38R3BTG 4-1614353-6 6
RN73C1J392RBTG 4-1614353-7 6
RN73C1J39K2BTG 4-1614353-8 6
RN73C1J39R2BTG 4-1614353-9 6
RN73C1J3K01BTD 1614354-1 6
RN73C1J3K01BTG 5-1614353-0 6
RN73C1J3K09BTG 5-1614353-1 6
RN73C1J3K16BTG 5-1614353-2 6
RN73C1J3K24BTG 5-1614353-3 6
RN73C1J3K32BTG 5-1614353-4 6
RN73C1J3K48BTG 5-1614353-5 6
RN73C1J3K4BTG 5-1614353-6 6
RN73C1J3K57BTG 5-1614353-7 6
RN73C1J3K65BTG 5-1614353-8 6
RN73C1J3K74BTG 5-1614353-9 6
RN73C1J3K83BTG 6-1614353-0 6
RN73C1J3K92BTG 6-1614353-1 6
RN73C1J402RBTG 6-1614353-2 6
RN73C1J40K2BTG 6-1614353-3 6
RN73C1J40R2BTG 6-1614353-4 6
RN73C1J412RBTG 6-1614353-5 6
RN73C1J41K2BTG 6-1614353-6 6
RN73C1J41R2BTG 6-1614353-7 6
RN73C1J422RBTG 6-1614353-8 6
RN73C1J42K2BTG 6-1614353-9 6
RN73C1J42R2BTG 7-1614353-0 6
RN73C1J432RBTG 7-1614353-1 6
RN73C1J43K2BTG 7-1614353-2 6
RN73C1J442RBTG 7-1614353-4 6
RN73C1J44K2BTG 7-1614353-5 6
RN73C1J44R2BTG 7-1614353-6 6
RN73C1J453RBTG 7-1614353-7 6
RN73C1J45K3BTG 7-1614353-8 6
RN73C1J45R3BTG 7-1614353-9 6
RN73C1J464RBTG 8-1614353-0 6
RN73C1J46K4BTG 8-1614353-1 6
RN73C1J46R4BTG 8-1614353-2 6
RN73C1J470RBTD 9-1614353-6 6
RN73C1J475RBTG 8-1614353-3 6
RN73C1J47K5BTG 8-1614353-4 6
RN73C1J47R5BTG 8-1614353-5 6
RN73C1J487RBTG 8-1614353-6 6
RN73C1J48K7BTG 8-1614353-7 6
RN73C1J48R7BTG 8-1614353-8 6
RN73C1J499RBTG 8-1614353-9 6

RN73C1J49K9BTG 9-1614353-0 6
RN73C1J49R9BTG 9-1614353-1 6
RN73C1J4K02BTG 9-1614353-2 6
RN73C1J4K12BTG 9-1614353-3 6
RN73C1J4K22BTG 1614354-2 6
RN73C1J4K32BTG 1614354-3 6
RN73C1J4K42BTG 1614354-4 6
RN73C1J4K53BTG 1614354-5 6
RN73C1J4K64BTG 1614354-6 6
RN73C1J4K75BTG 1614354-7 6
RN73C1J4K7BTD 9-1614354-1 6
RN73C1J4K87BTG 1614354-8 6
RN73C1J4K99BTG 1614354-9 6
RN73C1J511RBTG 1-1614354-0 6
RN73C1J51K1BTG 1676970-1 6
RN73C1J51R1BTG 1-1614354-1 6
RN73C1J523RBTG 1-1614354-2 6
RN73C1J52K3BTG 1676970-2 6
RN73C1J52R3BTG 1-1614354-3 6
RN73C1J536RBTG 1-1614354-4 6
RN73C1J53K6BTG 1676970-3 6
RN73C1J53R6BTG 1-1614354-5 6
RN73C1J549RBTG 1-1614354-6 6
RN73C1J54K9BTG 1676970-4 6
RN73C1J54R9BTG 1-1614354-7 6
RN73C1J562RBTG 1-1614354-8 6
RN73C1J56K2BTG 1676970-5 6
RN73C1J56R2BTG 1-1614354-9 6
RN73C1J576RBTG 2-1614354-0 6
RN73C1J57K6BTG 1676970-6 6
RN73C1J57R6BTG 2-1614354-1 6
RN73C1J590RBTG 2-1614354-2 6
RN73C1J59KBTG 1676970-7 6
RN73C1J59RBTG 2-1614354-3 6
RN73C1J5K11BTG 2-1614354-4 6
RN73C1J5K23BTG 2-1614354-5 6
RN73C1J5K36BTG 2-1614354-6 6
RN73C1J5K49BTG 2-1614354-7 6
RN73C1J5K62BTG 2-1614354-8 6
RN73C1J5K76BTG 2-1614354-9 6
RN73C1J5K9BTG 3-1614354-0 6
RN73C1J604RBTG 3-1614354-1 6
RN73C1J60K4BTG 1-1676970-5 6
RN73C1J60R4BTG 3-1614354-2 6
RN73C1J619RBTG 3-1614354-3 6
RN73C1J61K9BTG 1-1676970-6 6
RN73C1J61R9BTG 3-1614354-4 6
RN73C1J634RBTG 3-1614354-5 6
RN73C1J63K4BTG 1-1676970-7 6
RN73C1J63R4BTG 3-1614354-6 6
RN73C1J649RBTG 3-1614354-7 6
RN73C1J64K9BTG 1-1676970-8 6
RN73C1J64R9BTG 3-1614354-8 6
RN73C1J665RBTG 3-1614354-9 6
RN73C1J66K5BTG 1-1676970-9 6
RN73C1J66R5BTG 4-1614354-0 6
RN73C1J681RBTG 4-1614354-1 6
RN73C1J68K1BTG 2-1676970-0 6
RN73C1J68R1BTG 4-1614354-2 6
RN73C1J698RBTG 4-1614354-3 6
RN73C1J69K8BTG 2-1676970-1 6
RN73C1J69R8BTG 4-1614354-4 6
RN73C1J6K04BTG 4-1614354-5 6
RN73C1J6K19BTG 4-1614354-6 6
RN73C1J6K34BTG 4-1614354-7 6
RN73C1J6K49BTG 4-1614354-8 6
RN73C1J6K65BTG 4-1614354-9 6
RN73C1J6K81BTDF 9-1614354-2 6
RN73C1J6K81BTG 5-1614354-0 6
RN73C1J6K98BTG 5-1614354-1 6
RN73C1J715RBTG 5-1614354-2 6
RN73C1J71K5BTG 2-1676970-9 6
RN73C1J71R5BTG 5-1614354-3 6
RN73C1J732RBTG 5-1614354-4 6
RN73C1J73K2BTG 3-1676970-0 6
RN73C1J73R2BTG 5-1614354-5 6
RN73C1J750RBTG 5-1614354-6 6
RN73C1J75KBTG 3-1676970-1 6
RN73C1J75RBTG 5-1614354-7 6
RN73C1J768RBTG 5-1614354-8 6
RN73C1J76K8BTG 3-1676970-2 6
RN73C1J76R8BTG 5-1614354-9 6
RN73C1J787RBTG 6-1614354-0 6
RN73C1J78K7BTG 3-1676970-3 6
RN73C1J78R7BTG 6-1614354-1 6
RN73C1J7K15BTG 6-1614354-2 6
RN73C1J7K32BTG 6-1614354-3 6
RN73C1J7K5BTG 6-1614354-4 6
RN73C1J7K68BTG 6-1614354-5 6
RN73C1J7K87BTG 6-1614354-6 6
RN73C1J80K6BTG 9-1614354-3 6
RN73C1J825RBTG 6-1614354-7 6

RN73C1J82K5BTG 3-1676970-9 6
RN73C1J82R5BTG 6-1614354-8 6
RN73C1J845RBTG 6-1614354-9 6
RN73C1J84K5BTG 4-1676970-0 6
RN73C1J84R5BTG 7-1614354-0 6
RN73C1J866RBTG 7-1614354-1 6
RN73C1J86K6BTG 4-1676970-1 6
RN73C1J86R6BTG 7-1614354-2 6
RN73C1J887RBTG 7-1614354-3 6
RN73C1J88K7BTG 4-1676970-2 6
RN73C1J88R7BTG 7-1614354-4 6
RN73C1J8K25BTG 7-1614354-5 6
RN73C1J8K45BTG 7-1614354-6 6
RN73C1J8K66BTG 7-1614354-7 6
RN73C1J8K87BTG 7-1614354-8 6
RN73C1J909RBTG 7-1614354-9 6
RN73C1J90K9BTG 4-1676970-7 6
RN73C1J90R9BTG 8-1614354-0 6
RN73C1J931RBTG 8-1614354-1 6
RN73C1J93K1BTG 4-1676970-8 6
RN73C1J93R1BTG 8-1614354-2 6
RN73C1J953RBTG 8-1614354-3 6
RN73C1J95K3BTG 4-1676970-9 6
RN73C1J95R3BTG 8-1614354-4 6
RN73C1J976RBTG 8-1614354-5 6
RN73C1J97K6BTG 5-1676970-0 6
RN73C1J97R6BTG 8-1614354-6 6
RN73C1J9K09BTG 8-1614354-7 6
RN73C1J9K31BTG 8-1614354-8 6
RN73C1J9K53BTG 8-1614354-9 6
RN73C1J9K76BTG 9-1614354-0 6
RN73C2A100KBTD 1676142-3 6
RN73C2A100KBTDF 1676142-2 6
RN73C2A100KBTG 1676142-1 6
RN73C2A100RBTD 1676143-3 6
RN73C2A100RBTDF 1676143-2 6
RN73C2A100RBTG 1676143-1 6
RN73C2A102KBTD 1676144-3 6
RN73C2A102KBTDF 1676144-2 6
RN73C2A102KBTG 1676144-1 6
RN73C2A102RBTD 1676145-3 6
RN73C2A102RBTDF 1676145-2 6
RN73C2A102RBTG 1676145-1 6
RN73C2A105KBTD 1676146-3 6
RN73C2A105KBTDF 1676146-2 6
RN73C2A105KBTG 1676146-1 6
RN73C2A105RBTD 1676147-3 6
RN73C2A105RBTDF 1676147-2 6
RN73C2A105RBTG 1676147-1 6
RN73C2A107KBTD 1676148-3 6
RN73C2A107KBTDF 1676148-2 6
RN73C2A107KBTG 1676148-1 6
RN73C2A107RBTD 1676149-3 6
RN73C2A107RBTDF 1676149-2 6
RN73C2A107RBTG 1676149-1 6
RN73C2A10K2BTD 1676150-3 6
RN73C2A10K2BTDF 1676150-2 6
RN73C2A10K2BTG 1676150-1 6
RN73C2A10K5BTD 1676151-3 6
RN73C2A10K5BTDF 1676151-2 6
RN73C2A10K5BTG 1676151-1 6
RN73C2A10K7BTD 1676152-3 6
RN73C2A10K7BTDF 1676152-2 6
RN73C2A10K7BTG 1676152-1 6
RN73C2A10KBTD 1676153-3 6
RN73C2A10KBTDF 1676153-2 6
RN73C2A10KBTG 1676153-1 6
RN73C2A10R2BTD 1676636-3 6
RN73C2A10R2BTDF 1676636-2 6
RN73C2A10R2BTG 1676636-1 6
RN73C2A10R5BTD 1676637-3 6
RN73C2A10R5BTDF 1676637-2 6
RN73C2A10R5BTG 1676637-1 6
RN73C2A10R7BTD 1676638-3 6
RN73C2A10R7BTDF 1676638-2 6
RN73C2A10R7BTG 1676638-1 6
RN73C2A10RBTD 1676639-3 6
RN73C2A10RBTDF 1676639-2 6
RN73C2A10RBTG 1676639-1 6
RN73C2A110KBTD 1676154-3 6
RN73C2A110KBTDF 1676154-2 6
RN73C2A110KBTG 1676154-1 6
RN73C2A110RBTD 1676155-3 6
RN73C2A110RBTDF 1676155-2 6
RN73C2A110RBTG 1676155-1 6
RN73C2A113KBTD 1676156-3 6
RN73C2A113KBTDF 1676156-2 6
RN73C2A113KBTG 1676156-1 6
RN73C2A113RBTD 1676157-3 6
RN73C2A113RBTDF 1676157-2 6
RN73C2A113RBTG 1676157-1 6
RN73C2A115KBTD 1676158-3 6

* Please contact your Sales Representative for parts not listed
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RN73C2A115KBTDF 1676158-2 6
RN73C2A115KBTG 1676158-1 6
RN73C2A115RBTD 1676159-3 6
RN73C2A115RBTDF 1676159-2 6
RN73C2A115RBTG 1676159-1 6
RN73C2A118KBTD 1676160-3 6
RN73C2A118KBTDF 1676160-2 6
RN73C2A118KBTG 1676160-1 6
RN73C2A118RBTD 1676161-3 6
RN73C2A118RBTDF 1676161-2 6
RN73C2A118RBTG 1676161-1 6
RN73C2A11K3BTD 1676162-3 6
RN73C2A11K3BTDF 1676162-2 6
RN73C2A11K3BTG 1676162-1 6
RN73C2A11K5BTD 1676163-3 6
RN73C2A11K5BTDF 1676163-2 6
RN73C2A11K5BTG 1676163-1 6
RN73C2A11K8BTD 1676164-3 6
RN73C2A11K8BTDF 1676164-2 6
RN73C2A11K8BTG 1676164-1 6
RN73C2A11KBTD 1676165-3 6
RN73C2A11KBTDF 1676165-2 6
RN73C2A11KBTG 1676165-1 6
RN73C2A11R3BTD 1676640-3 6
RN73C2A11R3BTDF 1676640-2 6
RN73C2A11R3BTG 1676640-1 6
RN73C2A11R5BTD 1676641-3 6
RN73C2A11R5BTDF 1676641-2 6
RN73C2A11R5BTG 1676641-1 6
RN73C2A11R8BTD 1676642-3 6
RN73C2A11R8BTDF 1676642-2 6
RN73C2A11R8BTG 1676642-1 6
RN73C2A11RBTD 1676643-3 6
RN73C2A11RBTDF 1676643-2 6
RN73C2A11RBTG 1676643-1 6
RN73C2A120RBTDF 1614379-2 6
RN73C2A121KBTD 1676166-3 6
RN73C2A121KBTDF 1676166-2 6
RN73C2A121KBTG 1676166-1 6
RN73C2A121RBTD 1676167-3 6
RN73C2A121RBTDF 1676167-2 6
RN73C2A121RBTG 1676167-1 6
RN73C2A124KBTD 1676168-3 6
RN73C2A124KBTDF 1676168-2 6
RN73C2A124KBTG 1676168-1 6
RN73C2A124RBTD 1676169-3 6
RN73C2A124RBTDF 1676169-2 6
RN73C2A124RBTG 1676169-1 6
RN73C2A127KBTD 1676170-3 6
RN73C2A127KBTDF 1676170-2 6
RN73C2A127KBTG 1676170-1 6
RN73C2A127RBTD 1676171-3 6
RN73C2A127RBTDF 1676171-2 6
RN73C2A127RBTG 1676171-1 6
RN73C2A12K1BTD 1676172-3 6
RN73C2A12K1BTDF 1676172-2 6
RN73C2A12K1BTG 1676172-1 6
RN73C2A12K4BTD 1676173-3 6
RN73C2A12K4BTDF 1676173-2 6
RN73C2A12K4BTG 1676173-1 6
RN73C2A12K7BTD 1676174-3 6
RN73C2A12K7BTDF 1676174-2 6
RN73C2A12K7BTG 1676174-1 6
RN73C2A12R1BTD 1676644-3 6
RN73C2A12R1BTDF 1676644-2 6
RN73C2A12R1BTG 1676644-1 6
RN73C2A12R4BTD 1676645-3 6
RN73C2A12R4BTDF 1676645-2 6
RN73C2A12R4BTG 1676645-1 6
RN73C2A12R7BTD 1676646-3 6
RN73C2A12R7BTDF 1676646-2 6
RN73C2A12R7BTG 1676646-1 6
RN73C2A130KBTD 1676175-3 6
RN73C2A130KBTDF 1676175-2 6
RN73C2A130KBTG 1676175-1 6
RN73C2A130RBTD 1676176-3 6
RN73C2A130RBTDF 1676176-2 6
RN73C2A130RBTG 1676176-1 6
RN73C2A133KBTD 1676177-3 6
RN73C2A133KBTDF 1676177-2 6
RN73C2A133KBTG 1676177-1 6
RN73C2A133RBTD 1676178-3 6
RN73C2A133RBTDF 1676178-2 6
RN73C2A133RBTG 1676178-1 6
RN73C2A137KBTD 1676179-3 6
RN73C2A137KBTDF 1676179-2 6
RN73C2A137KBTG 1676179-1 6
RN73C2A137RBTD 1676180-3 6
RN73C2A137RBTDF 1676180-2 6
RN73C2A137RBTG 1676180-1 6
RN73C2A13K3BTD 1676181-3 6
RN73C2A13K3BTDF 1676181-2 6

RN73C2A13K3BTG 1676181-1 6
RN73C2A13K7BTD 1676182-3 6
RN73C2A13K7BTDF 1676182-2 6
RN73C2A13K7BTG 1676182-1 6
RN73C2A13KBTD 1676183-3 6
RN73C2A13KBTDF 1676183-2 6
RN73C2A13KBTG 1676183-1 6
RN73C2A13R3BTD 1676647-3 6
RN73C2A13R3BTDF 1676647-2 6
RN73C2A13R3BTG 1676647-1 6
RN73C2A13R7BTD 1676648-3 6
RN73C2A13R7BTDF 1676648-2 6
RN73C2A13R7BTG 1676648-1 6
RN73C2A13RBTD 1676649-3 6
RN73C2A13RBTDF 1676649-2 6
RN73C2A13RBTG 1676649-1 6
RN73C2A140KBTD 1676184-3 6
RN73C2A140KBTDF 1676184-2 6
RN73C2A140KBTG 1676184-1 6
RN73C2A140RBTD 1676185-3 6
RN73C2A140RBTDF 1676185-2 6
RN73C2A140RBTG 1676185-1 6
RN73C2A143KBTD 1676186-3 6
RN73C2A143KBTDF 1676186-2 6
RN73C2A143KBTG 1676186-1 6
RN73C2A143RBTD 1676187-3 6
RN73C2A143RBTDF 1676187-2 6
RN73C2A143RBTG 1676187-1 6
RN73C2A147KBTD 1676188-3 6
RN73C2A147KBTDF 1676188-2 6
RN73C2A147KBTG 1676188-1 6
RN73C2A147RBTD 1676189-3 6
RN73C2A147RBTDF 1676189-2 6
RN73C2A147RBTG 1676189-1 6
RN73C2A14K3BTD 1676190-3 6
RN73C2A14K3BTDF 1676190-2 6
RN73C2A14K3BTG 1676190-1 6
RN73C2A14K7BTD 1676191-3 6
RN73C2A14K7BTDF 1676191-2 6
RN73C2A14K7BTG 1676191-1 6
RN73C2A14KBTD 1676192-3 6
RN73C2A14KBTDF 1676192-2 6
RN73C2A14KBTG 1676192-1 6
RN73C2A14R3BTD 1676650-3 6
RN73C2A14R3BTDF 1676650-2 6
RN73C2A14R3BTG 1676650-1 6
RN73C2A14R7BTD 1676651-3 6
RN73C2A14R7BTDF 1676651-2 6
RN73C2A14R7BTG 1676651-1 6
RN73C2A14RBTD 1676652-3 6
RN73C2A14RBTDF 1676652-2 6
RN73C2A14RBTG 1676652-1 6
RN73C2A150KBTD 1676193-3 6
RN73C2A150KBTDF 1676193-2 6
RN73C2A150KBTG 1676193-1 6
RN73C2A150RBTD 1676194-3 6
RN73C2A150RBTDF 1676194-2 6
RN73C2A150RBTG 1676194-1 6
RN73C2A154KBTG 1676971-1 6
RN73C2A154RBTD 1676195-3 6
RN73C2A154RBTDF 1676195-2 6
RN73C2A154RBTG 1676195-1 6
RN73C2A158KBTG 1676971-2 6
RN73C2A158RBTD 1676196-3 6
RN73C2A158RBTDF 1676196-2 6
RN73C2A158RBTG 1676196-1 6
RN73C2A15K4BTD 1676197-3 6
RN73C2A15K4BTDF 1676197-2 6
RN73C2A15K4BTG 1676197-1 6
RN73C2A15K8BTD 1676198-3 6
RN73C2A15K8BTDF 1676198-2 6
RN73C2A15K8BTG 1676198-1 6
RN73C2A15KBTD 1676199-3 6
RN73C2A15KBTDF 1676199-2 6
RN73C2A15KBTG 1676199-1 6
RN73C2A15R4BTD 1676653-3 6
RN73C2A15R4BTDF 1676653-2 6
RN73C2A15R4BTG 1676653-1 6
RN73C2A15R8BTD 1676654-3 6
RN73C2A15R8BTDF 1676654-2 6
RN73C2A15R8BTG 1676654-1 6
RN73C2A15RBTD 1676655-3 6
RN73C2A15RBTDF 1676655-2 6
RN73C2A15RBTG 1676655-1 6
RN73C2A162KBTG 1676971-3 6
RN73C2A162RBTD 1676200-3 6
RN73C2A162RBTDF 1676200-2 6
RN73C2A162RBTG 1676200-1 6
RN73C2A165KBTG 1676971-4 6
RN73C2A165RBTD 1676201-3 6
RN73C2A165RBTDF 1676201-2 6
RN73C2A165RBTG 1676201-1 6

RN73C2A169KBTG 1676971-5 6
RN73C2A169RBTD 1676202-3 6
RN73C2A169RBTDF 1676202-2 6
RN73C2A169RBTG 1676202-1 6
RN73C2A16K2BTD 1676203-3 6
RN73C2A16K2BTDF 1676203-2 6
RN73C2A16K2BTG 1676203-1 6
RN73C2A16K5BTD 1676204-3 6
RN73C2A16K5BTDF 1676204-2 6
RN73C2A16K5BTG 1676204-1 6
RN73C2A16K9BTD 1676205-3 6
RN73C2A16K9BTDF 1676205-2 6
RN73C2A16K9BTG 1676205-1 6
RN73C2A16R2BTD 1676656-3 6
RN73C2A16R2BTDF 1676656-2 6
RN73C2A16R2BTG 1676656-1 6
RN73C2A16R5BTD 1676657-3 6
RN73C2A16R5BTDF 1676657-2 6
RN73C2A16R5BTG 1676657-1 6
RN73C2A16R9BTD 1676658-3 6
RN73C2A16R9BTDF 1676658-2 6
RN73C2A16R9BTG 1676658-1 6
RN73C2A174KBTG 1676971-6 6
RN73C2A174RBTD 1676206-3 6
RN73C2A174RBTDF 1676206-2 6
RN73C2A174RBTG 1676206-1 6
RN73C2A178KBTDF 1-1614422-0 6
RN73C2A178KBTG 1676971-7 6
RN73C2A178RBTD 1676207-3 6
RN73C2A178RBTDF 1676207-2 6
RN73C2A178RBTG 1676207-1 6
RN73C2A17K4BTD 1676208-3 6
RN73C2A17K4BTDF 1676208-2 6
RN73C2A17K4BTG 1676208-1 6
RN73C2A17K8BTD 1676209-3 6
RN73C2A17K8BTDF 1676209-2 6
RN73C2A17K8BTG 1676209-1 6
RN73C2A17R4BTD 1676659-3 6
RN73C2A17R4BTDF 1676659-2 6
RN73C2A17R4BTG 1676659-1 6
RN73C2A17R8BTD 1676660-3 6
RN73C2A17R8BTDF 1676660-2 6
RN73C2A17R8BTG 1676660-1 6
RN73C2A182KBTG 1676971-8 6
RN73C2A182RBTD 1676210-3 6
RN73C2A182RBTDF 1676210-2 6
RN73C2A182RBTG 1676210-1 6
RN73C2A187KBTG 1676971-9 6
RN73C2A187RBTD 1676211-3 6
RN73C2A187RBTDF 1676211-2 6
RN73C2A187RBTG 1676211-1 6
RN73C2A18K2BTD 1676212-3 6
RN73C2A18K2BTDF 1676212-2 6
RN73C2A18K2BTG 1676212-1 6
RN73C2A18K7BTD 1676213-3 6
RN73C2A18K7BTDF 1676213-2 6
RN73C2A18K7BTG 1676213-1 6
RN73C2A18KBTD 5-1676213-3 6
RN73C2A18R2BTD 1676661-3 6
RN73C2A18R2BTDF 1676661-2 6
RN73C2A18R2BTG 1676661-1 6
RN73C2A18R7BTD 1676662-3 6
RN73C2A18R7BTDF 1676662-2 6
RN73C2A18R7BTG 1676662-1 6
RN73C2A191KBTG 1-1676971-0 6
RN73C2A191RBTD 1676214-3 6
RN73C2A191RBTDF 1676214-2 6
RN73C2A191RBTG 1676214-1 6
RN73C2A196KBTG 1-1676971-1 6
RN73C2A196RBTD 1676215-3 6
RN73C2A196RBTDF 1676215-2 6
RN73C2A196RBTG 1676215-1 6
RN73C2A19K1BTD 1676216-3 6
RN73C2A19K1BTDF 1676216-2 6
RN73C2A19K1BTG 1676216-1 6
RN73C2A19K6BTD 1676217-3 6
RN73C2A19K6BTDF 1676217-2 6
RN73C2A19K6BTG 1676217-1 6
RN73C2A19R1BTD 1676663-3 6
RN73C2A19R1BTDF 1676663-2 6
RN73C2A19R1BTG 1676663-1 6
RN73C2A19R6BTD 1676664-3 6
RN73C2A19R6BTDF 1676664-2 6
RN73C2A19R6BTG 1676664-1 6
RN73C2A1K02BTD 1676218-3 6
RN73C2A1K02BTDF 1676218-2 6
RN73C2A1K02BTG 1676218-1 6
RN73C2A1K05BTD 1676219-3 6
RN73C2A1K05BTDF 1676219-2 6
RN73C2A1K05BTG 1676219-1 6
RN73C2A1K07BTD 1676220-3 6
RN73C2A1K07BTDF 1676220-2 6

RN73C2A1K07BTG 1676220-1 6
RN73C2A1K0BTD 1676221-3 6
RN73C2A1K0BTDF 1676221-2 6
RN73C2A1K0BTG 1676221-1 6
RN73C2A1K13BTD 1676222-3 6
RN73C2A1K13BTDF 1676222-2 6
RN73C2A1K13BTG 1676222-1 6
RN73C2A1K15BTD 1676223-3 6
RN73C2A1K15BTDF 1676223-2 6
RN73C2A1K15BTG 1676223-1 6
RN73C2A1K18BTD 1676224-3 6
RN73C2A1K18BTDF 1676224-2 6
RN73C2A1K18BTG 1676224-1 6
RN73C2A1K1BTD 1676225-3 6
RN73C2A1K1BTDF 1676225-2 6
RN73C2A1K1BTG 1676225-1 6
RN73C2A1K21BTD 1676226-3 6
RN73C2A1K21BTDF 1676226-2 6
RN73C2A1K21BTG 1676226-1 6
RN73C2A1K24BTD 1676227-3 6
RN73C2A1K24BTDF 1676227-2 6
RN73C2A1K24BTG 1676227-1 6
RN73C2A1K27BTD 1676228-3 6
RN73C2A1K27BTDF 1676228-2 6
RN73C2A1K27BTG 1676228-1 6
RN73C2A1K2BTDF 1-1614447-0 6
RN73C2A1K33BTD 1676229-3 6
RN73C2A1K33BTDF 1676229-2 6
RN73C2A1K33BTG 1676229-1 6
RN73C2A1K37BTD 1676230-3 6
RN73C2A1K37BTDF 1676230-2 6
RN73C2A1K37BTG 1676230-1 6
RN73C2A1K3BTD 1676231-3 6
RN73C2A1K3BTDF 1676231-2 6
RN73C2A1K3BTG 1676231-1 6
RN73C2A1K43BTD 1676232-3 6
RN73C2A1K43BTDF 1676232-2 6
RN73C2A1K43BTG 1676232-1 6
RN73C2A1K47BTD 1676233-3 6
RN73C2A1K47BTDF 1676233-2 6
RN73C2A1K47BTG 1676233-1 6
RN73C2A1K4BTD 1676234-3 6
RN73C2A1K4BTDF 1676234-2 6
RN73C2A1K4BTG 1676234-1 6
RN73C2A1K54BTD 1676235-3 6
RN73C2A1K54BTDF 1676235-2 6
RN73C2A1K54BTG 1676235-1 6
RN73C2A1K58BTD 1676236-3 6
RN73C2A1K58BTDF 1676236-2 6
RN73C2A1K58BTG 1676236-1 6
RN73C2A1K5BTD 1676237-3 6
RN73C2A1K5BTDF 1676237-2 6
RN73C2A1K5BTG 1676237-1 6
RN73C2A1K62BTD 1676238-3 6
RN73C2A1K62BTDF 1676238-2 6
RN73C2A1K62BTG 1676238-1 6
RN73C2A1K65BTD 1676239-3 6
RN73C2A1K65BTDF 1676239-2 6
RN73C2A1K65BTG 1676239-1 6
RN73C2A1K69BTD 1676240-3 6
RN73C2A1K69BTDF 1676240-2 6
RN73C2A1K69BTG 1676240-1 6
RN73C2A1K74BTD 1676241-3 6
RN73C2A1K74BTDF 1676241-2 6
RN73C2A1K74BTG 1676241-1 6
RN73C2A1K78BTD 1676242-3 6
RN73C2A1K78BTDF 1676242-2 6
RN73C2A1K78BTG 1676242-1 6
RN73C2A1K82BTD 1676243-3 6
RN73C2A1K82BTDF 1676243-2 6
RN73C2A1K82BTG 1676243-1 6
RN73C2A1K87BTD 1676244-3 6
RN73C2A1K87BTDF 1676244-2 6
RN73C2A1K87BTG 1676244-1 6
RN73C2A1K8BTDF 1614464-2 6
RN73C2A1K91BTD 1676245-3 6
RN73C2A1K91BTDF 1676245-2 6
RN73C2A1K91BTG 1676245-1 6
RN73C2A1K96BTD 1676246-3 6
RN73C2A1K96BTDF 1676246-2 6
RN73C2A1K96BTG 1676246-1 6
RN73C2A200KBTG 1-1676971-2 6
RN73C2A200RBTD 1676247-3 6
RN73C2A200RBTDF 1676247-2 6
RN73C2A200RBTG 1676247-1 6
RN73C2A205KBTG 1-1676971-3 6
RN73C2A205RBTD 1676248-3 6
RN73C2A205RBTDF 1676248-2 6
RN73C2A205RBTG 1676248-1 6
RN73C2A20K5BTD 1676249-3 6
RN73C2A20K5BTDF 1676249-2 6
RN73C2A20K5BTG 1676249-1 6

* Please contact your Sales Representative for parts not listed



Part Number Index

Brand Part Number to Tyco Electronics Part Number Cross Reference *

Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

290

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

RN73C2A20KBTD 1676250-3 6
RN73C2A20KBTDF 1676250-2 6
RN73C2A20KBTG 1676250-1 6
RN73C2A20R5BTD 1676665-3 6
RN73C2A20R5BTDF 1676665-2 6
RN73C2A20R5BTG 1676665-1 6
RN73C2A20RBTD 1676666-3 6
RN73C2A20RBTDF 1676666-2 6
RN73C2A20RBTG 1676666-1 6
RN73C2A210KBTG 1-1676971-4 6
RN73C2A210RBTD 1676251-3 6
RN73C2A210RBTDF 1676251-2 6
RN73C2A210RBTG 1676251-1 6
RN73C2A215KBTG 1-1676971-5 6
RN73C2A215RBTD 1676252-3 6
RN73C2A215RBTDF 1676252-2 6
RN73C2A215RBTG 1676252-1 6
RN73C2A21K5BTD 1676253-3 6
RN73C2A21K5BTDF 1676253-2 6
RN73C2A21K5BTG 1676253-1 6
RN73C2A21KBTD 1676254-3 6
RN73C2A21KBTDF 1676254-2 6
RN73C2A21KBTG 1676254-1 6
RN73C2A21R5BTD 1676667-3 6
RN73C2A21R5BTDF 1676667-2 6
RN73C2A21R5BTG 1676667-1 6
RN73C2A21RBTD 1676668-3 6
RN73C2A21RBTDF 1676668-2 6
RN73C2A21RBTG 1676668-1 6
RN73C2A221KBTDF 1676847-2 6
RN73C2A221KBTG 1-1676971-6 6
RN73C2A221RBTD 1676255-3 6
RN73C2A221RBTDF 1676255-2 6
RN73C2A221RBTG 1676255-1 6
RN73C2A226KBTG 1-1676971-7 6
RN73C2A226RBTD 1676256-3 6
RN73C2A226RBTDF 1676256-2 6
RN73C2A226RBTG 1676256-1 6
RN73C2A22K1BTD 1676257-3 6
RN73C2A22K1BTDF 1676257-2 6
RN73C2A22K1BTG 1676257-1 6
RN73C2A22K6BTD 1676258-3 6
RN73C2A22K6BTDF 1676258-2 6
RN73C2A22K6BTG 1676258-1 6
RN73C2A22R1BTD 1676669-3 6
RN73C2A22R1BTDF 1676669-2 6
RN73C2A22R1BTG 1676669-1 6
RN73C2A22R6BTD 1676670-3 6
RN73C2A22R6BTDF 1676670-2 6
RN73C2A22R6BTG 1676670-1 6
RN73C2A232KBTG 1-1676971-8 6
RN73C2A232RBTD 1676259-3 6
RN73C2A232RBTDF 1676259-2 6
RN73C2A232RBTG 1676259-1 6
RN73C2A237KBTG 1-1676971-9 6
RN73C2A237RBTD 1676260-3 6
RN73C2A237RBTDF 1676260-2 6
RN73C2A237RBTG 1676260-1 6
RN73C2A23K2BTD 1676261-3 6
RN73C2A23K2BTDF 1676261-2 6
RN73C2A23K2BTG 1676261-1 6
RN73C2A23K7BTD 1676262-3 6
RN73C2A23K7BTDF 1676262-2 6
RN73C2A23K7BTG 1676262-1 6
RN73C2A23R2BTD 1676671-3 6
RN73C2A23R2BTDF 1676671-2 6
RN73C2A23R2BTG 1676671-1 6
RN73C2A23R7BTD 1676672-3 6
RN73C2A23R7BTDF 1676672-2 6
RN73C2A23R7BTG 1676672-1 6
RN73C2A243KBTG 2-1676971-0 6
RN73C2A243RBTD 1676263-3 6
RN73C2A243RBTDF 1676263-2 6
RN73C2A243RBTG 1676263-1 6
RN73C2A249KBTG 2-1676971-1 6
RN73C2A249RBTD 1676264-3 6
RN73C2A249RBTDF 1676264-2 6
RN73C2A249RBTG 1676264-1 6
RN73C2A24K3BTD 1676265-3 6
RN73C2A24K3BTDF 1676265-2 6
RN73C2A24K3BTG 1676265-1 6
RN73C2A24K9BTD 1676266-3 6
RN73C2A24K9BTDF 1676266-2 6
RN73C2A24K9BTG 1676266-1 6
RN73C2A24R3BTD 1676673-3 6
RN73C2A24R3BTDF 1676673-2 6
RN73C2A24R3BTG 1676673-1 6
RN73C2A24R9BTD 1676674-3 6
RN73C2A24R9BTDF 1676674-2 6
RN73C2A24R9BTG 1676674-1 6
RN73C2A255KBTG 2-1676971-2 6
RN73C2A255RBTD 1676267-3 6

RN73C2A255RBTDF 1676267-2 6
RN73C2A255RBTG 1676267-1 6
RN73C2A25K5BTD 1676268-3 6
RN73C2A25K5BTDF 1676268-2 6
RN73C2A25K5BTG 1676268-1 6
RN73C2A25R5BTD 1676675-3 6
RN73C2A25R5BTDF 1676675-2 6
RN73C2A25R5BTG 1676675-1 6
RN73C2A261KBTG 2-1676971-3 6
RN73C2A261RBTD 1676269-3 6
RN73C2A261RBTDF 1676269-2 6
RN73C2A261RBTG 1676269-1 6
RN73C2A267KBTG 2-1676971-4 6
RN73C2A267RBTD 1676270-3 6
RN73C2A267RBTDF 1676270-2 6
RN73C2A267RBTG 1676270-1 6
RN73C2A26K1BTD 1676271-3 6
RN73C2A26K1BTDF 1676271-2 6
RN73C2A26K1BTG 1676271-1 6
RN73C2A26K7BTD 1676272-3 6
RN73C2A26K7BTDF 1676272-2 6
RN73C2A26K7BTG 1676272-1 6
RN73C2A26R1BTD 1676676-3 6
RN73C2A26R1BTDF 1676676-2 6
RN73C2A26R1BTG 1676676-1 6
RN73C2A26R7BTD 1676677-3 6
RN73C2A26R7BTDF 1676677-2 6
RN73C2A26R7BTG 1676677-1 6
RN73C2A274KBTG 1676677-4 6
RN73C2A274RBTD 1676273-3 6
RN73C2A274RBTDF 1676273-2 6
RN73C2A274RBTG 1676273-1 6
RN73C2A27K4BTD 1676274-3 6
RN73C2A27K4BTDF 1676274-2 6
RN73C2A27K4BTG 1676274-1 6
RN73C2A27KBTD 5-1676274-3 6
RN73C2A27R4BTD 1676678-3 6
RN73C2A27R4BTDF 1676678-2 6
RN73C2A27R4BTG 1676678-1 6
RN73C2A280KBTG 1676678-4 6
RN73C2A280RBTD 1676275-3 6
RN73C2A280RBTDF 1676275-2 6
RN73C2A280RBTG 1676275-1 6
RN73C2A287KBTG 1879028-1 6
RN73C2A287RBTD 1676276-3 6
RN73C2A287RBTDF 1676276-2 6
RN73C2A287RBTG 1676276-1 6
RN73C2A28K7BTD 1676277-3 6
RN73C2A28K7BTDF 1676277-2 6
RN73C2A28K7BTG 1676277-1 6
RN73C2A28KBTD 1676278-3 6
RN73C2A28KBTDF 1676278-2 6
RN73C2A28KBTG 1676278-1 6
RN73C2A28R7BTD 1676679-3 6
RN73C2A28R7BTDF 1676679-2 6
RN73C2A28R7BTG 1676679-1 6
RN73C2A28RBTD 1676680-3 6
RN73C2A28RBTDF 1676680-2 6
RN73C2A28RBTG 1676680-1 6
RN73C2A294KBTG 1879028-2 6
RN73C2A294RBTD 1676279-3 6
RN73C2A294RBTDF 1676279-2 6
RN73C2A294RBTG 1676279-1 6
RN73C2A29K4BTD 1676280-3 6
RN73C2A29K4BTDF 1676280-2 6
RN73C2A29K4BTG 1676280-1 6
RN73C2A29R4BTD 1676681-3 6
RN73C2A29R4BTDF 1676681-2 6
RN73C2A29R4BTG 1676681-1 6
RN73C2A2K05BTD 1676281-3 6
RN73C2A2K05BTDF 1676281-2 6
RN73C2A2K05BTG 1676281-1 6
RN73C2A2K0BTD 1676282-3 6
RN73C2A2K0BTDF 1676282-2 6
RN73C2A2K0BTG 1676282-1 6
RN73C2A2K15BTD 1676283-3 6
RN73C2A2K15BTDF 1676283-2 6
RN73C2A2K15BTG 1676283-1 6
RN73C2A2K1BTD 1676284-3 6
RN73C2A2K1BTDF 1676284-2 6
RN73C2A2K1BTG 1676284-1 6
RN73C2A2K21BTD 1676285-3 6
RN73C2A2K21BTDF 1676285-2 6
RN73C2A2K21BTG 1676285-1 6
RN73C2A2K26BTD 1676286-3 6
RN73C2A2K26BTDF 1676286-2 6
RN73C2A2K26BTG 1676286-1 6
RN73C2A2K2BTD 1-1614510-3 6
RN73C2A2K32BTD 1676287-3 6
RN73C2A2K32BTDF 1676287-2 6
RN73C2A2K32BTG 1676287-1 6
RN73C2A2K37BTD 1676288-3 6

RN73C2A2K37BTDF 1676288-2 6
RN73C2A2K37BTG 1676288-1 6
RN73C2A2K43BTD 1676289-3 6
RN73C2A2K43BTDF 1676289-2 6
RN73C2A2K43BTG 1676289-1 6
RN73C2A2K49BTD 1676290-3 6
RN73C2A2K49BTDF 1676290-2 6
RN73C2A2K49BTG 1676290-1 6
RN73C2A2K55BTD 1676291-3 6
RN73C2A2K55BTDF 1676291-2 6
RN73C2A2K55BTG 1676291-1 6
RN73C2A2K61BTD 1676292-3 6
RN73C2A2K61BTDF 1676292-2 6
RN73C2A2K61BTG 1676292-1 6
RN73C2A2K67BTD 1676293-3 6
RN73C2A2K67BTDF 1676293-2 6
RN73C2A2K67BTG 1676293-1 6
RN73C2A2K74BTD 1676294-3 6
RN73C2A2K74BTDF 1676294-2 6
RN73C2A2K74BTG 1676294-1 6
RN73C2A2K7BTDF 5-1676294-2 6
RN73C2A2K87BTD 1676295-3 6
RN73C2A2K87BTDF 1676295-2 6
RN73C2A2K87BTG 1676295-1 6
RN73C2A2K8BTD 1676296-3 6
RN73C2A2K8BTDF 1676296-2 6
RN73C2A2K8BTG 1676296-1 6
RN73C2A2K94BTD 1676297-3 6
RN73C2A2K94BTDF 1676297-2 6
RN73C2A2K94BTG 1676297-1 6
RN73C2A301KBTG 1879028-3 6
RN73C2A301RBTD 1676298-3 6
RN73C2A301RBTDF 1676298-2 6
RN73C2A301RBTG 1676298-1 6
RN73C2A309KBTG 1879028-4 6
RN73C2A309RBTD 1676299-3 6
RN73C2A309RBTDF 1676299-2 6
RN73C2A309RBTG 1676299-1 6
RN73C2A30K1BTD 1676300-3 6
RN73C2A30K1BTDF 1676300-2 6
RN73C2A30K1BTG 1676300-1 6
RN73C2A30K9BTD 1676301-3 6
RN73C2A30K9BTDF 1676301-2 6
RN73C2A30K9BTG 1676301-1 6
RN73C2A30R1BTD 1676682-3 6
RN73C2A30R1BTDF 1676682-2 6
RN73C2A30R1BTG 1676682-1 6
RN73C2A30R9BTD 1676683-3 6
RN73C2A30R9BTDF 1676683-2 6
RN73C2A30R9BTG 1676683-1 6
RN73C2A316KBTG 1879028-5 6
RN73C2A316RBTD 1676302-3 6
RN73C2A316RBTDF 1676302-2 6
RN73C2A316RBTG 1676302-1 6
RN73C2A31K6BTD 1676303-3 6
RN73C2A31K6BTDF 1676303-2 6
RN73C2A31K6BTG 1676303-1 6
RN73C2A31R6BTD 1676684-3 6
RN73C2A31R6BTDF 1676684-2 6
RN73C2A31R6BTG 1676684-1 6
RN73C2A324KBTG 1879028-6 6
RN73C2A324RBTD 1676304-3 6
RN73C2A324RBTDF 1676304-2 6
RN73C2A324RBTG 1676304-1 6
RN73C2A32K4BTD 1676305-3 6
RN73C2A32K4BTDF 1676305-2 6
RN73C2A32K4BTG 1676305-1 6
RN73C2A32R4BTD 1676685-3 6
RN73C2A32R4BTDF 1676685-2 6
RN73C2A32R4BTG 1676685-1 6
RN73C2A330KBTD 1-1614530-2 6
RN73C2A332KBTG 1879028-7 6
RN73C2A332RBTD 1676306-3 6
RN73C2A332RBTDF 1676306-2 6
RN73C2A332RBTG 1676306-1 6
RN73C2A33K2BTD 1676307-3 6
RN73C2A33K2BTDF 1676307-2 6
RN73C2A33K2BTG 1676307-1 6
RN73C2A33KBTD 1-1614532-5 6
RN73C2A33R2BTD 1676686-3 6
RN73C2A33R2BTDF 1676686-2 6
RN73C2A33R2BTG 1676686-1 6
RN73C2A340KBTG 1879028-8 6
RN73C2A340RBTD 1676308-3 6
RN73C2A340RBTDF 1676308-2 6
RN73C2A340RBTG 1676308-1 6
RN73C2A348KBTG 1879028-9 6
RN73C2A348RBTD 1676309-3 6
RN73C2A348RBTDF 1676309-2 6
RN73C2A348RBTG 1676309-1 6
RN73C2A34K8BTD 1676310-3 6
RN73C2A34K8BTDF 1676310-2 6

RN73C2A34K8BTG 1676310-1 6
RN73C2A34KBTD 1676311-3 6
RN73C2A34KBTDF 1676311-2 6
RN73C2A34KBTG 1676311-1 6
RN73C2A34R8BTD 1676687-3 6
RN73C2A34R8BTDF 1676687-2 6
RN73C2A34R8BTG 1676687-1 6
RN73C2A34RBTD 1676688-3 6
RN73C2A34RBTDF 1676688-2 6
RN73C2A34RBTG 1676688-1 6
RN73C2A357KBTG 1-1879028-0 6
RN73C2A357RBTD 1676312-3 6
RN73C2A357RBTDF 1676312-2 6
RN73C2A357RBTG 1676312-1 6
RN73C2A35K7BTD 1676313-3 6
RN73C2A35K7BTDF 1676313-2 6
RN73C2A35K7BTG 1676313-1 6
RN73C2A35R7BTD 1676689-3 6
RN73C2A35R7BTDF 1676689-2 6
RN73C2A35R7BTG 1676689-1 6
RN73C2A365KBTG 1-1879028-1 6
RN73C2A365RBTD 1676314-3 6
RN73C2A365RBTDF 1676314-2 6
RN73C2A365RBTG 1676314-1 6
RN73C2A36K5BTD 1676315-3 6
RN73C2A36K5BTDF 1676315-2 6
RN73C2A36K5BTG 1676315-1 6
RN73C2A36R5BTD 1676690-3 6
RN73C2A36R5BTDF 1676690-2 6
RN73C2A36R5BTG 1676690-1 6
RN73C2A374KBTG 1-1879028-2 6
RN73C2A374RBTD 1676316-3 6
RN73C2A374RBTDF 1676316-2 6
RN73C2A374RBTG 1676316-1 6
RN73C2A37K4BTD 1676317-3 6
RN73C2A37K4BTDF 1676317-2 6
RN73C2A37K4BTG 1676317-1 6
RN73C2A37R4BTD 1676691-3 6
RN73C2A37R4BTDF 1676691-2 6
RN73C2A37R4BTG 1676691-1 6
RN73C2A383KBTG 1-1879028-3 6
RN73C2A383RBTD 1676318-3 6
RN73C2A383RBTDF 1676318-2 6
RN73C2A383RBTG 1676318-1 6
RN73C2A38K3BTD 1676319-3 6
RN73C2A38K3BTDF 1676319-2 6
RN73C2A38K3BTG 1676319-1 6
RN73C2A38R3BTD 1676692-3 6
RN73C2A38R3BTDF 1676692-2 6
RN73C2A38R3BTG 1676692-1 6
RN73C2A392KBTDF 8-1614352-2 6
RN73C2A392KBTG 1-1879028-4 6
RN73C2A392RBTD 1676320-3 6
RN73C2A392RBTDF 1676320-2 6
RN73C2A392RBTG 1676320-1 6
RN73C2A39K2BTD 1676321-3 6
RN73C2A39K2BTDF 1676321-2 6
RN73C2A39K2BTG 1676321-1 6
RN73C2A39R2BTD 1676693-3 6
RN73C2A39R2BTDF 1676693-2 6
RN73C2A39R2BTG 1676693-1 6
RN73C2A3K01BTD 1676322-3 6
RN73C2A3K01BTDF 1676322-2 6
RN73C2A3K01BTG 1676322-1 6
RN73C2A3K09BTD 1676323-3 6
RN73C2A3K09BTDF 1676323-2 6
RN73C2A3K09BTG 1676323-1 6
RN73C2A3K16BTD 1676324-3 6
RN73C2A3K16BTDF 1676324-2 6
RN73C2A3K16BTG 1676324-1 6
RN73C2A3K24BTD 1676325-3 6
RN73C2A3K24BTDF 1676325-2 6
RN73C2A3K24BTG 1676325-1 6
RN73C2A3K32BTD 1676326-3 6
RN73C2A3K32BTDF 1676326-2 6
RN73C2A3K32BTG 1676326-1 6
RN73C2A3K3BTG 1614555-1 6
RN73C2A3K48BTD 1676327-3 6
RN73C2A3K48BTDF 1676327-2 6
RN73C2A3K48BTG 1676327-1 6
RN73C2A3K4BTD 1676328-3 6
RN73C2A3K4BTDF 1676328-2 6
RN73C2A3K4BTG 1676328-1 6
RN73C2A3K57BTD 1676329-3 6
RN73C2A3K57BTDF 1676329-2 6
RN73C2A3K57BTG 1676329-1 6
RN73C2A3K65BTD 1676330-3 6
RN73C2A3K65BTDF 1676330-2 6
RN73C2A3K65BTG 1676330-1 6
RN73C2A3K74BTD 1676331-3 6
RN73C2A3K74BTDF 1676331-2 6
RN73C2A3K74BTG 1676331-1 6

* Please contact your Sales Representative for parts not listed
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Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

Brand Tyco Page
Part No. Part No. No.

RN73C2A3K83BTD 1676332-3 6
RN73C2A3K83BTDF 1676332-2 6
RN73C2A3K83BTG 1676332-1 6
RN73C2A3K92BTD 1676333-3 6
RN73C2A3K92BTDF 1676333-2 6
RN73C2A3K92BTG 1676333-1 6
RN73C2A402KBTG 1-1879028-5 6
RN73C2A402RBTD 1676334-3 6
RN73C2A402RBTDF 1676334-2 6
RN73C2A402RBTG 1676334-1 6
RN73C2A40K2BTD 1676335-3 6
RN73C2A40K2BTDF 1676335-2 6
RN73C2A40K2BTG 1676335-1 6
RN73C2A40R2BTD 1676694-3 6
RN73C2A40R2BTDF 1676694-2 6
RN73C2A40R2BTG 1676694-1 6
RN73C2A412KBTG 1-1879028-6 6
RN73C2A412RBTD 1676336-3 6
RN73C2A412RBTDF 1676336-2 6
RN73C2A412RBTG 1676336-1 6
RN73C2A41K2BTD 1676337-3 6
RN73C2A41K2BTDF 1676337-2 6
RN73C2A41K2BTG 1676337-1 6
RN73C2A41R2BTD 1676695-3 6
RN73C2A41R2BTDF 1676695-2 6
RN73C2A41R2BTG 1676695-1 6
RN73C2A422KBTG 1-1879028-7 6
RN73C2A422RBTD 1676338-3 6
RN73C2A422RBTDF 1676338-2 6
RN73C2A422RBTG 1676338-1 6
RN73C2A42K2BTD 1676339-3 6
RN73C2A42K2BTDF 1676339-2 6
RN73C2A42K2BTG 1676339-1 6
RN73C2A42R2BTD 1676696-3 6
RN73C2A42R2BTDF 1676696-2 6
RN73C2A42R2BTG 1676696-1 6
RN73C2A432KBTG 1-1879028-8 6
RN73C2A432RBTD 1676340-3 6
RN73C2A432RBTDF 1676340-2 6
RN73C2A432RBTG 1676340-1 6
RN73C2A43K2BTD 1676341-3 6
RN73C2A43K2BTDF 1676341-2 6
RN73C2A43K2BTG 1676341-1 6
RN73C2A43R2BTD 1676697-3 6
RN73C2A43R2BTDF 1676697-2 6
RN73C2A43R2BTG 1676697-1 6
RN73C2A442KBTG 1-1879028-9 6
RN73C2A442RBTD 1676342-3 6
RN73C2A442RBTDF 1676342-2 6
RN73C2A442RBTG 1676342-1 6
RN73C2A44K2BTD 1676343-3 6
RN73C2A44K2BTDF 1676343-2 6
RN73C2A44K2BTG 1676343-1 6
RN73C2A44R2BTD 1676698-3 6
RN73C2A44R2BTDF 1676698-2 6
RN73C2A44R2BTG 1676698-1 6
RN73C2A453KBTG 2-1879028-0 6
RN73C2A453RBTD 1676344-3 6
RN73C2A453RBTDF 1676344-2 6
RN73C2A453RBTG 1676344-1 6
RN73C2A45K3BTD 1676345-3 6
RN73C2A45K3BTDF 1676345-2 6
RN73C2A45K3BTG 1676345-1 6
RN73C2A45R3BTD 1676699-3 6
RN73C2A45R3BTDF 1676699-2 6
RN73C2A45R3BTG 1676699-1 6
RN73C2A464KBTG 2-1879028-1 6
RN73C2A464RBTD 1676346-3 6
RN73C2A464RBTDF 1676346-2 6
RN73C2A464RBTG 1676346-1 6
RN73C2A46K4BTD 1676347-3 6
RN73C2A46K4BTDF 1676347-2 6
RN73C2A46K4BTG 1676347-1 6
RN73C2A46R4BTD 1676700-3 6
RN73C2A46R4BTDF 1676700-2 6
RN73C2A46R4BTG 1676700-1 6
RN73C2A475RBTD 1676348-3 6
RN73C2A475RBTDF 1676348-2 6
RN73C2A475RBTG 1676348-1 6
RN73C2A47K5BTD 1676349-3 6
RN73C2A47K5BTDF 1676349-2 6
RN73C2A47K5BTG 1676349-1 6
RN73C2A47R5BTD 1676701-3 6
RN73C2A47R5BTDF 1676701-2 6
RN73C2A47R5BTG 1676701-1 6
RN73C2A487RBTD 1676350-3 6
RN73C2A487RBTDF 1676350-2 6
RN73C2A487RBTG 1676350-1 6
RN73C2A48K7BTD 1676351-3 6
RN73C2A48K7BTDF 1676351-2 6
RN73C2A48K7BTG 1676351-1 6
RN73C2A48R7BTD 1676702-3 6

RN73C2A48R7BTDF 1676702-2 6
RN73C2A48R7BTG 1676702-1 6
RN73C2A499RBTD 1676352-3 6
RN73C2A499RBTDF 1676352-2 6
RN73C2A499RBTG 1676352-1 6
RN73C2A49K9BTD 1676353-3 6
RN73C2A49K9BTDF 1676353-2 6
RN73C2A49K9BTG 1676353-1 6
RN73C2A49R9BTD 1676703-3 6
RN73C2A49R9BTDF 1676703-2 6
RN73C2A49R9BTG 1676703-1 6
RN73C2A4K02BTD 1676354-3 6
RN73C2A4K02BTDF 1676354-2 6
RN73C2A4K02BTG 1676354-1 6
RN73C2A4K12BTD 1676355-3 6
RN73C2A4K12BTDF 1676355-2 6
RN73C2A4K12BTG 1676355-1 6
RN73C2A4K22BTD 1676356-3 6
RN73C2A4K22BTDF 1676356-2 6
RN73C2A4K22BTG 1676356-1 6
RN73C2A4K32BTD 1676357-3 6
RN73C2A4K32BTDF 1676357-2 6
RN73C2A4K32BTG 1676357-1 6
RN73C2A4K42BTD 1676358-3 6
RN73C2A4K42BTDF 1676358-2 6
RN73C2A4K42BTG 1676358-1 6
RN73C2A4K53BTD 1676359-3 6
RN73C2A4K53BTDF 1676359-2 6
RN73C2A4K53BTG 1676359-1 6
RN73C2A4K64BTD 1676360-3 6
RN73C2A4K64BTDF 1676360-2 6
RN73C2A4K64BTG 1676360-1 6
RN73C2A4K75BTD 1676361-3 6
RN73C2A4K75BTDF 1676361-2 6
RN73C2A4K75BTG 1676361-1 6
RN73C2A4K87BTD 1676362-3 6
RN73C2A4K87BTDF 1676362-2 6
RN73C2A4K87BTG 1676362-1 6
RN73C2A4K99BTD 1676363-3 6
RN73C2A4K99BTDF 1676363-2 6
RN73C2A4K99BTG 1676363-1 6
RN73C2A511RBTD 1676364-3 6
RN73C2A511RBTDF 1676364-2 6
RN73C2A511RBTG 1676364-1 6
RN73C2A51K1BTD 1676365-3 6
RN73C2A51K1BTDF 1676365-2 6
RN73C2A51K1BTG 1676365-1 6
RN73C2A51R1BTD 1676366-3 6
RN73C2A51R1BTDF 1676366-2 6
RN73C2A51R1BTG 1676366-1 6
RN73C2A523RBTD 1676367-3 6
RN73C2A523RBTDF 1676367-2 6
RN73C2A523RBTG 1676367-1 6
RN73C2A52K3BTD 1676368-3 6
RN73C2A52K3BTDF 1676368-2 6
RN73C2A52K3BTG 1676368-1 6
RN73C2A52R3BTD 1676369-3 6
RN73C2A52R3BTDF 1676369-2 6
RN73C2A52R3BTG 1676369-1 6
RN73C2A536RBTD 1676370-3 6
RN73C2A536RBTDF 1676370-2 6
RN73C2A536RBTG 1676370-1 6
RN73C2A53K6BTD 1676371-3 6
RN73C2A53K6BTDF 1676371-2 6
RN73C2A53K6BTG 1676371-1 6
RN73C2A53R6BTD 1676372-3 6
RN73C2A53R6BTDF 1676372-2 6
RN73C2A53R6BTG 1676372-1 6
RN73C2A549RBTD 1676373-3 6
RN73C2A549RBTDF 1676373-2 6
RN73C2A549RBTG 1676373-1 6
RN73C2A54K9BTD 1676374-3 6
RN73C2A54K9BTDF 1676374-2 6
RN73C2A54K9BTG 1676374-1 6
RN73C2A54R9BTD 1676375-3 6
RN73C2A54R9BTDF 1676375-2 6
RN73C2A54R9BTG 1676375-1 6
RN73C2A562RBTD 1676376-3 6
RN73C2A562RBTDF 1676376-2 6
RN73C2A562RBTG 1676376-1 6
RN73C2A56K2BTD 1676377-3 6
RN73C2A56K2BTDF 1676377-2 6
RN73C2A56K2BTG 1676377-1 6
RN73C2A56KBTD 1-1614610-0 6
RN73C2A56R2BTD 1676378-3 6
RN73C2A56R2BTDF 1676378-2 6
RN73C2A56R2BTG 1676378-1 6
RN73C2A576RBTD 1676379-3 6
RN73C2A576RBTDF 1676379-2 6
RN73C2A576RBTG 1676379-1 6
RN73C2A57K6BTD 1676380-3 6
RN73C2A57K6BTDF 1676380-2 6

RN73C2A57K6BTG 1676380-1 6
RN73C2A57R6BTD 1676381-3 6
RN73C2A57R6BTDF 1676381-2 6
RN73C2A57R6BTG 1676381-1 6
RN73C2A590RBTD 1676382-3 6
RN73C2A590RBTDF 1676382-2 6
RN73C2A590RBTG 1676382-1 6
RN73C2A59KBTD 1676383-3 6
RN73C2A59KBTDF 1676383-2 6
RN73C2A59KBTG 1676383-1 6
RN73C2A59RBTD 1676384-3 6
RN73C2A59RBTDF 1676384-2 6
RN73C2A59RBTG 1676384-1 6
RN73C2A5K11BTD 1676385-3 6
RN73C2A5K11BTDF 1676385-2 6
RN73C2A5K11BTG 1676385-1 6
RN73C2A5K23BTD 1676386-3 6
RN73C2A5K23BTDF 1676386-2 6
RN73C2A5K23BTG 1676386-1 6
RN73C2A5K36BTD 1676387-3 6
RN73C2A5K36BTDF 1676387-2 6
RN73C2A5K36BTG 1676387-1 6
RN73C2A5K49BTD 1676388-3 6
RN73C2A5K49BTDF 1676388-2 6
RN73C2A5K49BTG 1676388-1 6
RN73C2A5K62BTD 1676389-3 6
RN73C2A5K62BTDF 1676389-2 6
RN73C2A5K62BTG 1676389-1 6
RN73C2A5K76BTD 1676390-3 6
RN73C2A5K76BTDF 1676390-2 6
RN73C2A5K76BTG 1676390-1 6
RN73C2A5K9BTD 1676391-3 6
RN73C2A5K9BTDF 1676391-2 6
RN73C2A5K9BTG 1676391-1 6
RN73C2A5R11BTG 2-1879028-2 6
RN73C2A5R23BTG 2-1879028-3 6
RN73C2A5R36BTG 2-1879028-4 6
RN73C2A5R49BTG 2-1879028-5 6
RN73C2A5R62BTG 2-1879028-6 6
RN73C2A5R76BTG 2-1879028-7 6
RN73C2A5R9BTG 2-1879028-8 6
RN73C2A604RBTD 1676392-3 6
RN73C2A604RBTDF 1676392-2 6
RN73C2A604RBTG 1676392-1 6
RN73C2A60K4BTD 1676393-3 6
RN73C2A60K4BTDF 1676393-2 6
RN73C2A60K4BTG 1676393-1 6
RN73C2A60R4BTD 1676394-3 6
RN73C2A60R4BTDF 1676394-2 6
RN73C2A60R4BTG 1676394-1 6
RN73C2A619RBTD 1676395-3 6
RN73C2A619RBTDF 1676395-2 6
RN73C2A619RBTG 1676395-1 6
RN73C2A61K9BTD 1676396-3 6
RN73C2A61K9BTDF 1676396-2 6
RN73C2A61K9BTG 1676396-1 6
RN73C2A61R9BTD 1676397-3 6
RN73C2A61R9BTDF 1676397-2 6
RN73C2A61R9BTG 1676397-1 6
RN73C2A62RBTD 1-1614630-0 6
RN73C2A634RBTD 1676398-3 6
RN73C2A634RBTDF 1676398-2 6
RN73C2A634RBTG 1676398-1 6
RN73C2A63K4BTD 1676399-3 6
RN73C2A63K4BTDF 1676399-2 6
RN73C2A63K4BTG 1676399-1 6
RN73C2A63R4BTD 1676400-3 6
RN73C2A63R4BTDF 1676400-2 6
RN73C2A63R4BTG 1676400-1 6
RN73C2A649RBTD 1676401-3 6
RN73C2A649RBTDF 1676401-2 6
RN73C2A649RBTG 1676401-1 6
RN73C2A64K9BTD 1676402-3 6
RN73C2A64K9BTDF 1676402-2 6
RN73C2A64K9BTG 1676402-1 6
RN73C2A64R9BTD 1676403-3 6
RN73C2A64R9BTDF 1676403-2 6
RN73C2A64R9BTG 1676403-1 6
RN73C2A665RBTD 1676404-3 6
RN73C2A665RBTDF 1676404-2 6
RN73C2A665RBTG 1676404-1 6
RN73C2A66K5BTD 1676405-3 6
RN73C2A66K5BTDF 1676405-2 6
RN73C2A66K5BTG 1676405-1 6
RN73C2A66R5BTD 1676406-3 6
RN73C2A66R5BTDF 1676406-2 6
RN73C2A66R5BTG 1676406-1 6
RN73C2A681RBTD 1676407-3 6
RN73C2A681RBTDF 1676407-2 6
RN73C2A681RBTG 1676407-1 6
RN73C2A68K1BTD 1676408-3 6
RN73C2A68K1BTDF 1676408-2 6

RN73C2A68K1BTG 1676408-1 6
RN73C2A68R1BTD 1676409-3 6
RN73C2A68R1BTDF 1676409-2 6
RN73C2A68R1BTG 1676409-1 6
RN73C2A698RBTD 1676410-3 6
RN73C2A698RBTDF 1676410-2 6
RN73C2A698RBTG 1676410-1 6
RN73C2A69K8BTD 1676411-3 6
RN73C2A69K8BTDF 1676411-2 6
RN73C2A69K8BTG 1676411-1 6
RN73C2A69R8BTD 1676412-3 6
RN73C2A69R8BTDF 1676412-2 6
RN73C2A69R8BTG 1676412-1 6
RN73C2A6K04BTD 1676413-3 6
RN73C2A6K04BTDF 1676413-2 6
RN73C2A6K04BTG 1676413-1 6
RN73C2A6K19BTD 1676414-3 6
RN73C2A6K19BTDF 1676414-2 6
RN73C2A6K19BTG 1676414-1 6
RN73C2A6K34BTD 1676415-3 6
RN73C2A6K34BTDF 1676415-2 6
RN73C2A6K34BTG 1676415-1 6
RN73C2A6K49BTD 1676416-3 6
RN73C2A6K49BTDF 1676416-2 6
RN73C2A6K49BTG 1676416-1 6
RN73C2A6K65BTD 1676417-3 6
RN73C2A6K65BTDF 1676417-2 6
RN73C2A6K65BTG 1676417-1 6
RN73C2A6K81BTD 1676418-3 6
RN73C2A6K81BTDF 1676418-2 6
RN73C2A6K81BTG 1676418-1 6
RN73C2A6K98BTD 1676419-3 6
RN73C2A6K98BTDF 1676419-2 6
RN73C2A6K98BTG 1676419-1 6
RN73C2A6R04BTG 2-1879028-9 6
RN73C2A6R19BTG 3-1879028-0 6
RN73C2A6R34BTG 3-1879028-1 6
RN73C2A6R49BTG 3-1879028-2 6
RN73C2A6R65BTG 3-1879028-3 6
RN73C2A6R81BTG 3-1879028-4 6
RN73C2A6R98BTG 3-1879028-5 6
RN73C2A715RBTD 1676420-3 6
RN73C2A715RBTDF 1676420-2 6
RN73C2A715RBTG 1676420-1 6
RN73C2A71K5BTD 1676421-3 6
RN73C2A71K5BTDF 1676421-2 6
RN73C2A71K5BTG 1676421-1 6
RN73C2A71R5BTD 1676422-3 6
RN73C2A71R5BTDF 1676422-2 6
RN73C2A71R5BTG 1676422-1 6
RN73C2A732RBTD 1676423-3 6
RN73C2A732RBTDF 1676423-2 6
RN73C2A732RBTG 1676423-1 6
RN73C2A73K2BTD 1676424-3 6
RN73C2A73K2BTDF 1676424-2 6
RN73C2A73K2BTG 1676424-1 6
RN73C2A73R2BTD 1676425-3 6
RN73C2A73R2BTDF 1676425-2 6
RN73C2A73R2BTG 1676425-1 6
RN73C2A750RBTD 1676426-3 6
RN73C2A750RBTDF 1676426-2 6
RN73C2A750RBTG 1676426-1 6
RN73C2A75KBTD 1676427-3 6
RN73C2A75KBTDF 1676427-2 6
RN73C2A75KBTG 1676427-1 6
RN73C2A75RBTD 1676428-3 6
RN73C2A75RBTDF 1676428-2 6
RN73C2A75RBTG 1676428-1 6
RN73C2A768RBTD 1676429-3 6
RN73C2A768RBTDF 1676429-2 6
RN73C2A768RBTG 1676429-1 6
RN73C2A76K8BTD 1676430-3 6
RN73C2A76K8BTDF 1676430-2 6
RN73C2A76K8BTG 1676430-1 6
RN73C2A76R8BTD 1676431-3 6
RN73C2A76R8BTDF 1676431-2 6
RN73C2A76R8BTG 1676431-1 6
RN73C2A787RBTD 1676432-3 6
RN73C2A787RBTDF 1676432-2 6
RN73C2A787RBTG 1676432-1 6
RN73C2A78K7BTD 1676433-3 6
RN73C2A78K7BTDF 1676433-2 6
RN73C2A78K7BTG 1676433-1 6
RN73C2A78R7BTD 1676434-3 6
RN73C2A78R7BTDF 1676434-2 6
RN73C2A78R7BTG 1676434-1 6
RN73C2A7K15BTD 1676435-3 6
RN73C2A7K15BTDF 1676435-2 6
RN73C2A7K15BTG 1676435-1 6
RN73C2A7K32BTD 1676436-3 6
RN73C2A7K32BTDF 1676436-2 6
RN73C2A7K32BTG 1676436-1 6

* Please contact your Sales Representative for parts not listed
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RN73C2A7K5BTD 1676437-3 6
RN73C2A7K5BTDF 1676437-2 6
RN73C2A7K5BTG 1676437-1 6
RN73C2A7K68BTD 1676438-3 6
RN73C2A7K68BTDF 1676438-2 6
RN73C2A7K68BTG 1676438-1 6
RN73C2A7K87BTD 1676439-3 6
RN73C2A7K87BTDF 1676439-2 6
RN73C2A7K87BTG 1676439-1 6
RN73C2A7R15BTG 3-1879028-6 6
RN73C2A7R32BTG 3-1879028-7 6
RN73C2A7R5BTG 3-1879028-8 6
RN73C2A7R68BTG 3-1879028-9 6
RN73C2A7R87BTG 4-1879028-0 6
RN73C2A806RBTD 1676440-3 6
RN73C2A806RBTDF 1676440-2 6
RN73C2A806RBTG 1676440-1 6
RN73C2A80K6BTD 1676441-3 6
RN73C2A80K6BTDF 1676441-2 6
RN73C2A80K6BTG 1676441-1 6
RN73C2A80R6BTD 1676442-3 6
RN73C2A80R6BTDF 1676442-2 6
RN73C2A80R6BTG 1676442-1 6
RN73C2A825RBTD 1676443-3 6
RN73C2A825RBTDF 1676443-2 6
RN73C2A825RBTG 1676443-1 6
RN73C2A82K5BTD 1676444-3 6
RN73C2A82K5BTDF 1676444-2 6
RN73C2A82K5BTG 1676444-1 6
RN73C2A82R5BTD 1676445-3 6
RN73C2A82R5BTDF 1676445-2 6
RN73C2A82R5BTG 1676445-1 6
RN73C2A845RBTD 1676446-3 6
RN73C2A845RBTDF 1676446-2 6
RN73C2A845RBTG 1676446-1 6
RN73C2A84K5BTD 1676447-3 6
RN73C2A84K5BTDF 1676447-2 6
RN73C2A84K5BTG 1676447-1 6
RN73C2A84R5BTD 1676448-3 6
RN73C2A84R5BTDF 1676448-2 6
RN73C2A84R5BTG 1676448-1 6
RN73C2A866RBTD 1676449-3 6
RN73C2A866RBTDF 1676449-2 6
RN73C2A866RBTG 1676449-1 6
RN73C2A86K6BTD 1676450-3 6
RN73C2A86K6BTDF 1676450-2 6
RN73C2A86K6BTG 1676450-1 6
RN73C2A86R6BTD 1676451-3 6
RN73C2A86R6BTDF 1676451-2 6
RN73C2A86R6BTG 1676451-1 6
RN73C2A887RBTD 1676452-3 6
RN73C2A887RBTDF 1676452-2 6
RN73C2A887RBTG 1676452-1 6
RN73C2A88K7BTD 1676453-3 6
RN73C2A88K7BTDF 1676453-2 6
RN73C2A88K7BTG 1676453-1 6
RN73C2A88R7BTD 1676454-3 6
RN73C2A88R7BTDF 1676454-2 6
RN73C2A88R7BTG 1676454-1 6
RN73C2A8K06BTD 1676455-3 6
RN73C2A8K06BTDF 1676455-2 6
RN73C2A8K06BTG 1676455-1 6
RN73C2A8K25BTD 1676456-3 6
RN73C2A8K25BTDF 1676456-2 6
RN73C2A8K25BTG 1676456-1 6
RN73C2A8K45BTD 1676457-3 6
RN73C2A8K45BTDF 1676457-2 6
RN73C2A8K45BTG 1676457-1 6
RN73C2A8K66BTD 1676458-3 6
RN73C2A8K66BTDF 1676458-2 6
RN73C2A8K66BTG 1676458-1 6
RN73C2A8K87BTD 1676459-3 6
RN73C2A8K87BTDF 1676459-2 6
RN73C2A8K87BTG 1676459-1 6
RN73C2A8R06BTG 4-1879028-1 6
RN73C2A8R25BTG 4-1879028-2 6
RN73C2A8R45BTG 4-1879028-3 6
RN73C2A8R66BTG 4-1879028-4 6
RN73C2A8R87BTG 4-1879028-5 6
RN73C2A909RBTD 1676460-3 6
RN73C2A909RBTDF 1676460-2 6
RN73C2A909RBTG 1676460-1 6
RN73C2A90K9BTD 1676461-3 6
RN73C2A90K9BTDF 1676461-2 6
RN73C2A90K9BTG 1676461-1 6
RN73C2A90R9BTD 1676462-3 6
RN73C2A90R9BTDF 1676462-2 6
RN73C2A90R9BTG 1676462-1 6
RN73C2A931RBTD 1676463-3 6
RN73C2A931RBTDF 1676463-2 6
RN73C2A931RBTG 1676463-1 6
RN73C2A93K1BTD 1676464-3 6

RN73C2A93K1BTDF 1676464-2 6
RN73C2A93K1BTG 1676464-1 6
RN73C2A93R1BTD 1676465-3 6
RN73C2A93R1BTDF 1676465-2 6
RN73C2A93R1BTG 1676465-1 6
RN73C2A953RBTD 1676466-3 6
RN73C2A953RBTDF 1676466-2 6
RN73C2A953RBTG 1676466-1 6
RN73C2A95K3BTD 1676467-3 6
RN73C2A95K3BTDF 1676467-2 6
RN73C2A95K3BTG 1676467-1 6
RN73C2A95R3BTD 1676468-3 6
RN73C2A95R3BTDF 1676468-2 6
RN73C2A95R3BTG 1676468-1 6
RN73C2A976RBTD 1676469-3 6
RN73C2A976RBTDF 1676469-2 6
RN73C2A976RBTG 1676469-1 6
RN73C2A97K6BTD 1676470-3 6
RN73C2A97K6BTDF 1676470-2 6
RN73C2A97K6BTG 1676470-1 6
RN73C2A97R6BTD 1676471-3 6
RN73C2A97R6BTDF 1676471-2 6
RN73C2A97R6BTG 1676471-1 6
RN73C2A9K09BTD 1676472-3 6
RN73C2A9K09BTDF 1676472-2 6
RN73C2A9K09BTG 1676472-1 6
RN73C2A9K31BTD 1676473-3 6
RN73C2A9K31BTDF 1676473-2 6
RN73C2A9K31BTG 1676473-1 6
RN73C2A9K53BTD 1676474-3 6
RN73C2A9K53BTDF 1676474-2 6
RN73C2A9K53BTG 1676474-1 6
RN73C2A9K76BTD 1676475-3 6
RN73C2A9K76BTDF 1676475-2 6
RN73C2A9K76BTG 1676475-1 6
RN73C2A9R09BTG 4-1879028-6 6
RN73C2A9R31BTG 4-1879028-7 6
RN73C2A9R53BTG 4-1879028-8 6
RN73C2A9R76BTG 4-1879028-9 6
RN73C2B107KBTDF 1614707-2 6
RN73C2B10K5BTDF 1614707-3 6
RN73C2B10KBTDF 1614707-8 6
RN73C2B110KBTDF 1614707-4 6
RN73C2B12K4BTDF 1614707-5 6
RN73C2B143KBTDF 1614707-6 6
RN73C2B2K21BTDF 1614707-9 6
RN73C2B47KBTD 1614708-1 6
RN73C2B499RBTD 1614975-2 6
RN73C2B499RBTDF 1614975-1 6
RN73C2B51K1BTDF 1614975-3 6
RN73F1J100KBTD 1614759-2 6
RN73F1J100KBTDF 1614759-1 6
RN73F1J100RBTD 1614760-2 6
RN73F1J100RBTDF 1614760-1 6
RN73F1J10KBTD 1614761-2 6
RN73F1J10KBTDF 1614761-1 6
RN73F1J10RBTDF 1614762-1 6
RN73F1J120RBTD 1614763-2 6
RN73F1J120RBTDF 1614763-1 6
RN73F1J150RBTD 1614764-2 6
RN73F1J150RBTDF 1614764-1 6
RN73F1J15KBTD 1614765-2 6
RN73F1J15KBTDF 1614765-1 6
RN73F1J15RBTDF 1614766-1 6
RN73F1J180RBTDF 1614767-1 6
RN73F1J1K0BTD 1614768-2 6
RN73F1J1K0BTDF 1614768-1 6
RN73F1J1K5BTD 1614769-2 6
RN73F1J1K5BTDF 1614769-1 6
RN73F1J220RBTD 1614789-2 6
RN73F1J220RBTDF 1614789-1 6
RN73F1J22KBTD 1614790-2 6
RN73F1J22KBTDF 1614790-1 6
RN73F1J22RBTD 1614791-2 6
RN73F1J22RBTDF 1614791-1 6
RN73F1J2K2BTD 1614792-2 6
RN73F1J2K2BTDF 1614792-1 6
RN73F1J330RBTD 1614793-2 6
RN73F1J330RBTDF 1614793-1 6
RN73F1J33KBTD 1614794-2 6
RN73F1J33KBTDF 1614794-1 6
RN73F1J33RBTDF 1614795-1 6
RN73F1J36KBTD 1614796-2 6
RN73F1J36KBTDF 1614796-1 6
RN73F1J39KBTD 1614797-2 6
RN73F1J39KBTDF 1614797-1 6
RN73F1J3K3BTDF 1614798-1 6
RN73F1J43KBTD 1614799-2 6
RN73F1J43KBTDF 1614799-1 6
RN73F1J470RBTD 1614800-2 6
RN73F1J470RBTDF 1614800-1 6
RN73F1J47KBTD 1614802-2 6

RN73F1J47KBTDF 1614802-1 6
RN73F1J47RBTD 1614803-2 6
RN73F1J47RBTDF 1614803-1 6
RN73F1J4K7BTD 1614804-2 6
RN73F1J4K7BTDF 1614804-1 6
RN73F1J51KBTD 1614805-2 6
RN73F1J51KBTDF 1614805-1 6
RN73F1J56KBTD 1614806-2 6
RN73F1J56KBTDF 1614806-1 6
RN73F1J56RBTD 1614807-1 6
RN73F1J62KBTD 1614808-2 6
RN73F1J62KBTDF 1614808-1 6
RN73F1J680RBTD 1614809-2 6
RN73F1J680RBTDF 1614809-1 6
RN73F1J68KBTD 1614810-2 6
RN73F1J68KBTDF 1614810-1 6
RN73F1J68RBTD 1614811-2 6
RN73F1J68RBTDF 1614811-1 6
RN73F1J6K8BTD 1614812-2 6
RN73F1J6K8BTDF 1614812-1 6
RN73F1J75KBTD 1614813-2 6
RN73F1J75KBTDF 1614813-1 6
RN73F1J82KBTD 1614814-2 6
RN73F1J82KBTDF 1614814-1 6
RN73F1J91KBTD 1614815-2 6
RN73F1J91KBTDF 1614815-1 6
RN73G1J10RBTD 1614876-2 6
RN73G1J10RBTDF 1614876-1 6
RN73G1J15RBTD 1614766-2 6
RN73G1J15RBTDF 1614877-1 6
RN73G1J180RBTD 1614767-2 6
RN73G1J33RBTD 1614878-2 6
RN73G1J33RBTDF 1614878-1 6
RN73G1J33RDTD 1614795-2 6
RN73G2A5K11BTD 1614880-1 6
RN7C2B100RBTD 1614707-7 6
ROX05SJ12K 1676123-1 144
ROX1J47R 1625882-1 144
ROX1SF4K7 1625883-2 144
ROX1SJ100K 1-1625885-1 144
ROX1SJ100R 1-1625885-2 144
ROX1SJ10K 1-1625885-3 144
ROX1SJ10R 1-1625885-4 144
ROX1SJ120K 1-1625885-5 144
ROX1SJ120R 1-1625885-7 144
ROX1SJ12K 1-1625885-8 144
ROX1SJ12R 1-1625885-9 144
ROX1SJ150K 2-1625885-0 144
ROX1SJ150R 2-1625885-3 144
ROX1SJ15K 2-1625885-4 144
ROX1SJ15R 2-1625885-5 144
ROX1SJ180K 2-1625885-6 144
ROX1SJ180R 2-1625885-7 144
ROX1SJ18K 2-1625885-8 144
ROX1SJ18R 3-1625885-0 144
ROX1SJ1K0 3-1625885-1 144
ROX1SJ1K2 3-1625885-2 144
ROX1SJ1K5 3-1625885-4 144
ROX1SJ1K8 3-1625885-5 144
ROX1SJ1M0 3-1625885-6 144
ROX1SJ1R0 3-1625885-8 144
ROX1SJ1R2 3-1625885-9 144
ROX1SJ1R5 4-1625885-0 144
ROX1SJ1R8 4-1625885-1 144
ROX1SJ220K 4-1625885-3 144
ROX1SJ220R 4-1625885-4 144
ROX1SJ22K 4-1625885-6 144
ROX1SJ22R 4-1625885-7 144
ROX1SJ270K 4-1625885-9 144
ROX1SJ270R 5-1625885-0 144
ROX1SJ27K 5-1625885-1 144
ROX1SJ27R 5-1625885-2 144
ROX1SJ2K2 5-1625885-3 144
ROX1SJ2K7 5-1625885-4 144
ROX1SJ2R2 5-1625885-5 144
ROX1SJ2R7 5-1625885-6 144
ROX1SJ30K 1625886-1 144
ROX1SJ330K 1625886-2 144
ROX1SJ330R 1625886-4 144
ROX1SJ33K 1625886-5 144
ROX1SJ33R 1625886-6 144
ROX1SJ390K 1625886-8 144
ROX1SJ390R 1625886-9 144
ROX1SJ39K 1-1625886-0 144
ROX1SJ39R 1-1625886-1 144
ROX1SJ3K3 1-1625886-2 144
ROX1SJ3K9 1-1625886-3 144
ROX1SJ3R3 1-1625886-4 144
ROX1SJ3R9 1-1625886-5 144
ROX1SJ470K 1-1625886-7 144
ROX1SJ470R 1-1625886-8 144
ROX1SJ47K 1-1625886-9 144

ROX1SJ47R 2-1625886-0 144
ROX1SJ4K7 2-1625886-1 144
ROX1SJ4R7 2-1625886-2 144
ROX1SJ560K 2-1625886-3 144
ROX1SJ560R 2-1625886-4 144
ROX1SJ56K 2-1625886-5 144
ROX1SJ56R 2-1625886-6 144
ROX1SJ5K1 2-1625886-7 144
ROX1SJ5K6 2-1625886-9 144
ROX1SJ5R6 3-1625886-0 144
ROX1SJ680K 3-1625886-1 144
ROX1SJ680R 3-1625886-3 144
ROX1SJ68K 3-1625886-4 144
ROX1SJ68R 3-1625886-6 144
ROX1SJ6K8 3-1625886-7 144
ROX1SJ6R8 3-1625886-9 144
ROX1SJ75R 4-1625886-0 144
ROX1SJ820K 4-1625886-1 144
ROX1SJ820R 4-1625886-2 144
ROX1SJ82K 5-1625885-7 144
ROX1SJ82R 4-1625886-4 144
ROX1SJ8K2 4-1625886-5 144
ROX1SJ8R2 4-1625886-6 144
ROX1SJR10 1625885-1 144
ROX1SJR15 1625885-3 144
ROX1SJR22 1625885-6 144
ROX1SJR33 1625885-7 144
ROX1SJR47 1625885-8 144
ROX1SJR68 1625885-9 144
ROX2J100R 1625888-1 144
ROX2J180R 1625888-2 144
ROX2SJ100K 1625890-2 144
ROX2SJ100R 1625890-4 144
ROX2SJ10K 1625890-5 144
ROX2SJ10R 1625890-6 144
ROX2SJ120K 1625890-7 144
ROX2SJ120R 1625890-8 144
ROX2SJ12K 1625890-9 144
ROX2SJ12R 1-1625890-0 144
ROX2SJ150K 1-1625890-1 144
ROX2SJ150R 1-1625890-2 144
ROX2SJ15K 1-1625890-4 144
ROX2SJ15R 1-1625890-5 144
ROX2SJ180K 1-1625890-6 144
ROX2SJ180R 1-1625890-7 144
ROX2SJ18K 1-1625890-8 144
ROX2SJ18R 1-1625890-9 144
ROX2SJ1K0 2-1625890-0 144
ROX2SJ1K2 2-1625890-1 144
ROX2SJ1K3 2-1625890-2 144
ROX2SJ1K5 2-1625890-3 144
ROX2SJ1K8 2-1625890-4 144
ROX2SJ1M0 2-1625890-6 144
ROX2SJ1R0 2-1625890-7 144
ROX2SJ1R2 2-1625890-8 144
ROX2SJ1R5 7-1625890-5 144
ROX2SJ1R8 2-1625890-9 144
ROX2SJ200K 8-1625890-5 144
ROX2SJ220K 3-1625890-0 144
ROX2SJ220R 3-1625890-1 144
ROX2SJ22K 3-1625890-2 144
ROX2SJ22R 3-1625890-3 144
ROX2SJ270K 3-1625890-4 144
ROX2SJ270R 3-1625890-5 144
ROX2SJ27K 3-1625890-6 144
ROX2SJ27R 3-1625890-7 144
ROX2SJ2K2 3-1625890-8 144
ROX2SJ2K7 7-1625890-4 144
ROX2SJ2R2 3-1625890-9 144
ROX2SJ2R7 4-1625890-0 144
ROX2SJ330K 7-1625890-7 144
ROX2SJ330R 4-1625890-1 144
ROX2SJ33K 4-1625890-2 144
ROX2SJ33R 4-1625890-3 144
ROX2SJ390K 7-1625890-8 144
ROX2SJ390R 4-1625890-4 144
ROX2SJ39K 4-1625890-5 144
ROX2SJ39R 4-1625890-6 144
ROX2SJ3K3 4-1625890-7 144
ROX2SJ3K9 4-1625890-8 144
ROX2SJ3R3 8-1625890-1 144
ROX2SJ3R9 4-1625890-9 144
ROX2SJ470K 5-1625890-0 144
ROX2SJ470R 5-1625890-1 144
ROX2SJ47K 5-1625890-2 144
ROX2SJ47R 5-1625890-3 144
ROX2SJ4K7 5-1625890-4 144
ROX2SJ4R7 5-1625890-5 144
ROX2SJ560K 8-1625890-2 144
ROX2SJ560R 5-1625890-8 144
ROX2SJ56K 6-1625890-0 144
ROX2SJ56R 6-1625890-1 144

* Please contact your Sales Representative for parts not listed
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ROX2SJ5K6 6-1625890-2 144
ROX2SJ5R6 6-1625890-3 144
ROX2SJ680K 8-1625890-3 144
ROX2SJ680R 6-1625890-4 144
ROX2SJ68K 6-1625890-5 144
ROX2SJ68R 6-1625890-6 144
ROX2SJ6K8 6-1625890-7 144
ROX2SJ6R8 6-1625890-8 144
ROX2SJ820K 8-1625890-0 144
ROX2SJ820R 6-1625890-9 144
ROX2SJ82K 7-1625890-0 144
ROX2SJ82R 7-1625890-1 144
ROX2SJ8K2 7-1625890-2 144
ROX2SJ8R2 7-1625890-3 144
ROX2SJR47 7-1625890-6 144
ROX3SG470R 9-1625892-0 144
ROX3SG6R8 9-1625892-5 144
ROX3SJ100K 1625892-8 144
ROX3SJ100R 1625892-9 144
ROX3SJ10K 1-1625892-0 144
ROX3SJ10R 1-1625892-1 144
ROX3SJ120K 9-1625892-1 144
ROX3SJ120R 7-1625892-5 144
ROX3SJ12K 1-1625892-2 144
ROX3SJ12R 1-1625892-3 144
ROX3SJ150K 1-1625892-4 144
ROX3SJ150R 1-1625892-5 144
ROX3SJ15K 1-1625892-6 144
ROX3SJ15R 1-1625892-7 144
ROX3SJ180K 1-1625892-8 144
ROX3SJ180R 1-1625892-9 144
ROX3SJ18K 7-1625892-7 144
ROX3SJ18R 2-1625892-0 144
ROX3SJ1K0 2-1625892-1 144
ROX3SJ1K2 2-1625892-2 144
ROX3SJ1K5 2-1625892-3 144
ROX3SJ1K8 2-1625892-4 144
ROX3SJ1M0 2-1625892-5 144
ROX3SJ1R0 2-1625892-6 144
ROX3SJ1R2 8-1625892-0 144
ROX3SJ1R5 8-1625892-1 144
ROX3SJ1R8 2-1625892-7 144
ROX3SJ20K 2-1625892-8 144
ROX3SJ220K 3-1625892-0 144
ROX3SJ220R 3-1625892-1 144
ROX3SJ22K 3-1625892-2 144
ROX3SJ22R 3-1625892-3 144
ROX3SJ270K 8-1625892-2 144
ROX3SJ270R 3-1625892-4 144
ROX3SJ27K 3-1625892-5 144
ROX3SJ27R 3-1625892-6 144
ROX3SJ2K2 3-1625892-7 144
ROX3SJ2K7 3-1625892-8 144
ROX3SJ2R2 3-1625892-9 144
ROX3SJ2R7 9-1625892-2 144
ROX3SJ330K 8-1625892-3 144
ROX3SJ330R 4-1625892-1 144
ROX3SJ33K 4-1625892-2 144
ROX3SJ33R 4-1625892-3 144
ROX3SJ390K 8-1625892-4 144
ROX3SJ390R 4-1625892-4 144
ROX3SJ39K 4-1625892-5 144
ROX3SJ39R 4-1625892-6 144
ROX3SJ3K3 4-1625892-7 144
ROX3SJ3K9 4-1625892-8 144
ROX3SJ3R3 4-1625892-9 144
ROX3SJ3R9 5-1625892-0 144
ROX3SJ470K 5-1625892-1 144
ROX3SJ470R 5-1625892-2 144
ROX3SJ47K 5-1625892-3 144
ROX3SJ47R 5-1625892-4 144
ROX3SJ4K7 5-1625892-5 144
ROX3SJ4R7 5-1625892-6 144
ROX3SJ51K 5-1625892-7 144
ROX3SJ560K 8-1625892-5 144
ROX3SJ560R 5-1625892-8 144
ROX3SJ56K 5-1625892-9 144
ROX3SJ56R 6-1625892-0 144
ROX3SJ5K6 6-1625892-1 144
ROX3SJ5R6 8-1625892-6 144
ROX3SJ62R 6-1625892-3 144
ROX3SJ680K 8-1625892-7 144
ROX3SJ680R 6-1625892-4 144
ROX3SJ68K 6-1625892-6 144
ROX3SJ68R 6-1625892-7 144
ROX3SJ6K8 6-1625892-8 144
ROX3SJ6R8 7-1625892-0 144
ROX3SJ820K 8-1625892-8 144
ROX3SJ820R 7-1625892-1 144
ROX3SJ82K 7-1625892-2 144
ROX3SJ82R 7-1625892-3 144
ROX3SJ8K2 7-1625892-6 144

ROX3SJ8R2 7-1625892-9 144
ROX3SJR10 1625892-1 144
ROX3SJR15 9-1625892-3 144
ROX3SJR22 1625892-2 144
ROX3SJR33 1625892-4 144
ROX3SJR47 1625892-5 144
ROX3SJR51 1625892-6 144
ROX3SJR68 1625892-7 144
ROX5SJ10R 1625893-1 144
RP73D2A102KBTDF 1625865-1 8
RP73D2B510KDTD 1625866-2 8
RP73F1J100KBTDF 1625867-1 8
RP73F1J10KBTDF 1625867-2 8
RP73F1J15KBTDF 1625867-3 8
RP73F1J205RBTDF 1625867-4 8
RP73F1J2K21BTDF 1625867-5 8
RP73F1J4K42BTDF 1625867-6 8
RP73F1J51K1BTDF 1625867-7 8
RP73F1J68K1BTDF 1625867-8 8
RP73F2A11KBTDF 1625868-1 8
RP73F2A13KBTDF 1625868-2 8
RP73F2A1K21BTDF 1625868-3 8
RP73F2A1K62BTDF 1625868-4 8
RP73F2A1M0BTDF 1625868-5 8
RP73F2A200RBTDF 1625868-6 8
RP73F2A215KBTDF 1625868-7 8
RP73F2A24K3BTDF 1625868-8 8
RP73F2A2K21BTDF 1625868-9 8
RP73F2A2K74BTDF 1-1625868-0 8
RP73F2A301RBTDF 1-1625868-1 8
RP73F2A36K5BTDF 1-1625868-2 8
RP73F2A39K2BTDF 1-1625868-3 8
RP73F2A47K5BTDF 1-1625868-4 8
RP73F2A4K75BTDF 1-1625868-5 8
RP73F2A5K62BTDF 1-1625868-6 8
RP73F2A6K81BTDF 1-1625868-7 8
RP73F2A750RBTDF 1-1625868-8 8
RP73F2A8K25BTDF 1-1625868-9 8
RP73F2B120KFTD 1625869-1 8
RP73F2B2K4FTD 1625869-2 8
RP73F2B43KFTD 1625869-3 8
RP73F2B43RFTD 1625869-4 8
RP73F2B510KBTDF 1625869-5 8
RP73F2B5M0FTD 1625869-6 8
RP73G1J100KFTD 1625870-1 8
RP73G1J10KBTDF 1625870-2 8
RP73G1J10KFTD 1625870-3 8
RP73G1J110KFTD 1625870-4 8
RP73G1J18KFTD 1625870-5 8
RP73G1J1K21FTD 1625870-6 8
RP73G1J1K5FTD 1625870-7 8
RP73G1J221KFTD 1625870-8 8
RP73G1J22K1FTD 1625870-9 8
RP73G1J30K1FTD 1-1625870-0 8
RP73G1J330KFTD 1-1625870-1 8
RP73G1J39K2FTD 1-1625870-2 8
RP73G1J470RFTD 1-1625870-3 8
RP73G1J47K5FTD 1-1625870-4 8
RP73G1J49K9FTD 1-1625870-5 8
RP73G1J4K42FTD 1-1625870-6 8
RP73G1J562RFTD 1-1625870-7 8
RP73G1J56K2FTD 1-1625870-8 8
RP73G1J68K1FTD 1-1625870-9 8
RP73G1J6K81BTDF 2-1625870-0 8
RP73G1J75KFTD 2-1625870-1 8
RP73G1J8K66FTD 2-1625870-2 8
RP73G1J910RFTD 2-1625870-3 8
RP73G2A102KBTDF 1625871-1 8
RP73G2A10RFTD 1-1625871-1 8
RP73G2A120RFTD 1-1625871-0 8
RP73G2A16K2DTD 1625871-2 8
RP73G2A182KFTD 1625871-3 8
RP73G2A1M0FTD 1625871-4 8
RP73G2A2K74FTD 1625871-5 8
RP73G2A330RFTD 1-1625871-2 8
RP73G2A3K92DTD 1625871-6 8
RP73G2A4K64DTD 1625871-7 8
RP73G2A500KFTD 1625871-8 8
RP73G2A6K81DTD 1625871-9 8
RP73G2B1M4FTD 1625872-1 8
RP73G2B825KBTDF 1625872-2 8
RSS1180RJTB 1624244-1 146
RSS15K1GTB 1624244-2 146
RSS1W56RJTB 1624244-3 146
RSS28K2JTB 1624245-3 146
RSS2W100KJTB 1624245-4 146
RSS2W100RJTB 1624245-5 146
RSS2W10KJTB 1624245-6 146
RSS2W10RJTB 1624245-7 146
RSS2W150RJTB 1624245-8 146
RSS2W15KJTB 1624245-9 146
RSS2W15RJTB 1-1624245-0 146

RSS2W18RJTB 1-1624245-1 146
RSS2W1K0JTB 1-1624245-3 146
RSS2W1K5JTB 1-1624245-2 146
RSS2W220RJTB 1-1624245-4 146
RSS2W22KJTB 1-1624245-5 146
RSS2W22RJTB 1-1624245-6 146
RSS2W2K2JTB 1-1624245-7 146
RSS2W330RJTB 1-1624245-8 146
RSS2W33KJTB 1-1624245-9 146
RSS2W33RJTB 2-1624245-0 146
RSS2W3K3JTB 2-1624245-1 146
RSS2W470RJTB 2-1624245-2 146
RSS2W47KJTB 2-1624245-3 146
RSS2W47RJTB 2-1624245-4 146
RSS2W4K7JTB 2-1624245-5 146
RSS2W680RJTB 2-1624245-6 146
RSS2W68RJTB 2-1624245-7 146
RSS2W6K8JTB 2-1624245-8 146
RSS3100RJTB 1624246-1 146
RSS310KJTB 1624246-2 146
RSS310RJTB 1624246-3 146
RSS3120RJTB 1624246-4 146
RSS312KJTB 1624246-5 146
RSS312RJTB 1624246-6 146
RSS3150RJTB 1624246-7 146
RSS315KJTB 1624246-8 146
RSS315RJTB 1624246-9 146
RSS3180RJTB 1-1624246-0 146
RSS318KJTB 1-1624246-1 146
RSS318RJTB 1-1624246-2 146
RSS31K0JTB 1-1624246-3 146
RSS31K2JTB 1-1624246-4 146
RSS31K5JTB 1-1624246-5 146
RSS31K8JTB 1-1624246-6 146
RSS320KJTB 1-1624246-7 146
RSS3220RJTB 1-1624246-8 146
RSS322KJTB 1-1624246-9 146
RSS322RJTB 2-1624246-0 146
RSS3270RJTB 2-1624246-1 146
RSS327KJTB 2-1624246-2 146
RSS327RJTB 2-1624246-3 146
RSS32K2JTB 2-1624246-4 146
RSS32K7JTB 2-1624246-5 146
RSS3330RJTB 2-1624246-6 146
RSS333KJTB 2-1624246-7 146
RSS333RJTB 2-1624246-8 146
RSS3390RJTB 2-1624246-9 146
RSS339KJTB 3-1624246-0 146
RSS339RJTB 3-1624246-1 146
RSS33K3JTB 3-1624246-2 146
RSS33K9JTB 3-1624246-3 146
RSS3470RJTB 3-1624246-4 146
RSS347KJTB 3-1624246-5 146
RSS347RJTB 3-1624246-6 146
RSS34K7JTB 3-1624246-7 146
RSS3560RJTB 3-1624246-8 146
RSS356KJTB 3-1624246-9 146
RSS356RJTB 4-1624246-0 146
RSS35K6JTB 4-1624246-1 146
RSS3620RGTB 4-1624246-2 146
RSS3680RGTB 4-1624246-3 146
RSS3680RJTB 4-1624246-4 146
RSS368RJTB 4-1624246-5 146
RSS36K8JTB 4-1624246-6 146
RSS3820RJTB 4-1624246-7 146
RSS382RJTB 4-1624246-8 146
RSS38K2JTB 4-1624246-9 146
RSS5100KJTB 1624247-8 146
RSS510KJTB 1-1624247-1 146
RSS520KJTB 1624247-6 146
RSS547KJTB 1624247-9 146
RSS551KJTB 1624247-2 146
RSS556RJTB 1624247-7 146
RSS562KJR 1624247-4 146
RSS582KJTB 1-1624247-0 146
RSS591KJTB 1624247-5 146
RSSF3J10K 1625894-1 142
RSSF3J8K2 1625894-2 142
RSSF5H15J1K0 1625903-1 142
RW1101KC 1624200-9 240
RW1101KE 1-1624200-0 240
RW1102KC 1-1624200-1 240
RW1102KE 1-1624200-2 240
RW1103KC 1-1624200-3 240
RW1103KE 1-1624200-4 240
RW1202KC 1-1624200-5 240
RW1202KE 1-1624200-6 240
RW1251KC 1-1624200-7 240
RW1251KE 1-1624200-8 240
RW1252KC 1-1624200-9 240
RW1252KE 2-1624200-0 240
RW1253KC 2-1624200-1 240

RW1253KE 2-1624200-2 240
RW1500KE 2-1624200-8 240
RW1501KC 2-1624200-3 240
RW1501KE 2-1624200-4 240
RW1502JA 1624200-7 240
RW1502KC 2-1624200-5 240
RW1502KE 2-1624200-6 240
RW1503KC 2-1624200-7 240
RW1503KE 2-1624200-9 240
RW3100KB 1624200-1 240
RW3101KB 1624200-2 240
RW3101KC 3-1624200-0 240
RW3101KD 4-1624200-8 240
RW3102KB 1624200-3 240
RW3102KC 3-1624200-1 240
RW3102KD 3-1624200-2 240
RW3103KC 3-1624200-3 240
RW3103KD 3-1624200-4 240
RW3104KD 4-1624200-9 240
RW3202JA 1624200-8 240
RW3202KC 3-1624200-5 240
RW3202KD 3-1624200-6 240
RW3203KB 1624200-4 240
RW3203KD 5-1624200-0 240
RW3251KC 3-1624200-7 240
RW3251KD 5-1624200-1 240
RW3252KC 3-1624200-8 240
RW3252KD 3-1624200-9 240
RW3253KC 4-1624200-0 240
RW3253KD 4-1624200-1 240
RW3500KC 4-1624200-2 240
RW3500KD 5-1624200-2 240
RW3501KB 1624200-6 240
RW3501KC 4-1624200-3 240
RW3501KD 5-1624200-3 240
RW3502KB 1624200-5 240
RW3502KC 4-1624200-4 240
RW3502KD 4-1624200-5 240
RW3503KC 4-1624200-6 240
RW3503KD 4-1624200-7 240
SBC1110RK 1623740-8 54
SBC1147RK 1623740-1 54
SBC1533RJ 1623740-7 54
SBC210RJ 1623741-1 54
SBC2220RJ 1623741-2 54
SBC2R22J 1623741-3 54
SBC4100RJ 1623742-1 54
SBC410KJ 2-1623742-3 54
SBC410RJ 1623742-2 54
SBC4150RJ 1623742-3 54
SBC415RJ 1623742-4 54
SBC41K0J 1623742-5 54
SBC41R0J 1623742-6 54
SBC4220RJ 1623742-7 54
SBC422RJ 1623742-8 54
SBC42R2J 1623742-9 54
SBC4330RJ 1-1623742-0 54
SBC433RJ 1-1623742-1 54
SBC43K3J 1-1623742-2 54
SBC43R3J 2-1623742-4 54
SBC4470RJ 1-1623742-3 54
SBC447RJ 1-1623742-4 54
SBC44K7J 1-1623742-5 54
SBC44R7J 1-1623742-6 54
SBC468RJ 1-1623742-7 54
SBC46R8J 1-1623742-8 54
SBC4R10J 1-1623742-9 54
SBC4R22J 2-1623742-0 54
SBC4R47J 2-1623742-1 54
SBC4R68J 2-1623742-2 54
SBC622RJ 1623743-1 54
SBC82R2J 3-1623743-1 54
SBCH1110KJ 1623722-1 54
SBCH111R5J 1623722-2 54
SBCH112R2J 1623722-3 54
SBCH1133RJ 1623722-4 54
SBCH151K5J 1623723-2 54
SBCH4100RJ 1623724-1 54
SBCH410KJ 2-1623724-1 54
SBCH410RJ 1623724-2 54
SBCH4150RJ 2-1623724-2 54
SBCH415RJ 2-1623724-0 54
SBCH41K0J 1-1623724-7 54
SBCH41K5J 2-1623724-3 54
SBCH41R0J 2-1623724-4 54
SBCH4220RJ 1623724-3 54
SBCH422RJ 1623724-4 54
SBCH4270RJ 1623724-5 54
SBCH42K2J 2-1623724-5 54
SBCH42R2J 1-1623724-9 54
SBCH4330RJ 2-1623724-6 54
SBCH433RJ 1623724-6 54

* Please contact your Sales Representative for parts not listed
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SBCH43K3J 2-1623724-7 54
SBCH43R3F 1623724-7 54
SBCH43R3J 2-1623724-8 54
SBCH4470RJ 1623724-8 54
SBCH447RJ 1-1623724-8 54
SBCH44K7J 2-1623724-9 54
SBCH44R7J 3-1623724-0 54
SBCH4560RJ 1623724-9 54
SBCH4680RJ 1-1623724-0 54
SBCH468RJ 1-1623724-1 54
SBCH46K8J 3-1623724-1 54
SBCH46R8J 3-1623724-2 54
SBCH48R2J 1-1623724-6 54
SBCH4R10K 1-1623724-2 54
SBCH4R15K 1-1623724-3 54
SBCH4R22J 1-1623724-4 54
SBCH4R22K 1-1623724-5 54
SBCH4R33J 3-1623724-3 54
SBCH4R47J 3-1623724-4 54
SBCH4R68J 3-1623724-5 54
SBCH510KJ 1623725-1 54
SBCH53R9J 1623725-5 54
SBCH6120RJ 1623726-1 54
SBCH6150RJ 1623726-2 54
SBCH615KJ 1623726-3 54
SBCH618KJ 1623726-6 54
SBCH62R61J 1623726-4 54
SBCH633RJ 1623726-5 54
SBCH6470RJ 1623726-7 54
SBCH7100RJ 1623727-4 54
SBCH7220RJ 1623727-3 54
SBCH722RJ 1623727-2 54
SBCH74K7J 1623727-1 54
SBCHE11100RJ 1623728-1 54
SBCHE1110KJ 1623728-2 54
SBCHE1110RJ 1623728-3 54
SBCHE11150RJ 1623728-4 54
SBCHE1115KJ 1623728-5 54
SBCHE1115RJ 1623728-6 54
SBCHE11180RJ 3-1623728-3 54
SBCHE1118KJ 3-1623728-4 54
SBCHE111K0J 1623728-7 54
SBCHE111K5J 1623728-8 54
SBCHE111R0K 1623728-9 54
SBCHE111R2K 3-1623728-6 54
SBCHE111R5K 1-1623728-0 54
SBCHE11220RJ 1-1623728-1 54
SBCHE1122KJ 1-1623728-2 54
SBCHE1122RJ 1-1623728-3 54
SBCHE1127RJ 3-1623728-5 54
SBCHE112K2J 1-1623728-4 54
SBCHE112R2K 1-1623728-5 54
SBCHE11330RJ 1-1623728-6 54
SBCHE1133RJ 1-1623728-7 54
SBCHE1139RJ 3-1623728-2 54
SBCHE113K3J 1-1623728-8 54
SBCHE113R3K 1-1623728-9 54
SBCHE113R9J 2-1623728-0 54
SBCHE11470RJ 2-1623728-1 54
SBCHE1147RJ 2-1623728-2 54
SBCHE114K7J 2-1623728-3 54
SBCHE114R7K 2-1623728-4 54
SBCHE115R6J 2-1623728-5 54
SBCHE11680RJ 2-1623728-6 54
SBCHE1168RJ 2-1623728-7 54
SBCHE116K8J 2-1623728-8 54
SBCHE116R8J 2-1623728-9 54
SBCHE116R8K 3-1623728-0 54
SBCHE15100RJ 1623729-1 54
SBCHE1510KJ 1623729-2 54
SBCHE1510RJ 1623729-3 54
SBCHE15150RJ 1623729-4 54
SBCHE1515KJ 1623729-5 54
SBCHE1515RJ 1623729-6 54
SBCHE151K0J 1623729-7 54
SBCHE151K5J 1623729-8 54
SBCHE151R0K 1623729-9 54
SBCHE151R5K 1-1623729-0 54
SBCHE15220RJ 1-1623729-1 54
SBCHE1522KJ 1-1623729-2 54
SBCHE1522RJ 1-1623729-3 54
SBCHE152K2J 1-1623729-4 54
SBCHE152R2K 1-1623729-5 54
SBCHE15330RJ 1-1623729-6 54
SBCHE1533RJ 1-1623729-7 54
SBCHE153K3J 1-1623729-8 54
SBCHE153R3K 1-1623729-9 54
SBCHE15470RJ 2-1623729-0 54
SBCHE1547RJ 2-1623729-1 54
SBCHE154K7J 2-1623729-2 54
SBCHE154R7K 2-1623729-3 54
SBCHE15680RJ 2-1623729-4 54

SBCHE1568RJ 2-1623729-5 54
SBCHE156K8J 2-1623729-6 54
SBCHE156R8J 2-1623729-7 54
SBCHE15R56J 2-1623729-9 54
SBCHE15R56K 3-1623729-0 54
SBCHE4100RJ 1623730-1 54
SBCHE410RJ 1623730-2 54
SBCHE4150RJ 1623730-3 54
SBCHE415RJ 1623730-4 54
SBCHE41K0J 1623730-5 54
SBCHE41K5J 1623730-6 54
SBCHE41R0J 3-1623730-1 54
SBCHE41R0K 1623730-7 54
SBCHE41R5K 1623730-8 54
SBCHE4220RJ 1623730-9 54
SBCHE422RJ 1-1623730-0 54
SBCHE4270RJ 3-1623730-3 54
SBCHE42K2J 1-1623730-1 54
SBCHE42K7J 3-1623730-2 54
SBCHE42R2J 1-1623730-2 54
SBCHE42R2K 1-1623730-3 54
SBCHE4330RJ 1-1623730-4 54
SBCHE433RJ 1-1623730-5 54
SBCHE43K3J 1-1623730-6 54
SBCHE43R3K 1-1623730-7 54
SBCHE4470RJ 1-1623730-8 54
SBCHE447RJ 1-1623730-9 54
SBCHE44K7J 2-1623730-0 54
SBCHE44R7J 2-1623730-1 54
SBCHE4510RJ 3-1623730-4 54
SBCHE4560RJ 3-1623730-5 54
SBCHE4680RJ 2-1623730-3 54
SBCHE468RJ 2-1623730-4 54
SBCHE46K8J 2-1623730-5 54
SBCHE46R8J 2-1623730-6 54
SBCHE4820RJ 2-1623730-8 54
SBCHE4R22K 2-1623730-9 54
SBCHE4R33J 3-1623730-0 54
SBCHE510KJ 1623731-1 54
SBCHE5R025K 1623731-2 54
SBCHE6100RJ 1623732-1 54
SBCHE610KJ 1623732-2 54
SBCHE610RJ 1623732-3 54
SBCHE6120RJ 1623732-4 54
SBCHE612KJ 1623732-5 54
SBCHE612RJ 1623732-6 54
SBCHE6150RJ 1623732-7 54
SBCHE615KJ 1623732-8 54
SBCHE615RJ 1623732-9 54
SBCHE6180RJ 1-1623732-0 54
SBCHE618KJ 1-1623732-1 54
SBCHE618RJ 1-1623732-2 54
SBCHE61K0J 1-1623732-3 54
SBCHE61K2J 1-1623732-4 54
SBCHE61K5J 1-1623732-5 54
SBCHE61K8J 1-1623732-6 54
SBCHE61R0K 1-1623732-7 54
SBCHE61R2K 1-1623732-8 54
SBCHE61R5K 1-1623732-9 54
SBCHE61R8K 2-1623732-0 54
SBCHE6220RJ 2-1623732-1 54
SBCHE622KJ 2-1623732-2 54
SBCHE622RJ 2-1623732-3 54
SBCHE6270RJ 2-1623732-4 54
SBCHE627RJ 2-1623732-5 54
SBCHE62K2J 2-1623732-6 54
SBCHE62K7J 2-1623732-7 54
SBCHE62R2K 2-1623732-8 54
SBCHE62R7K 2-1623732-9 54
SBCHE6330RJ 3-1623732-0 54
SBCHE633RJ 3-1623732-1 54
SBCHE6390RJ 3-1623732-2 54
SBCHE639RJ 3-1623732-3 54
SBCHE63K3J 3-1623732-4 54
SBCHE63K9J 3-1623732-5 54
SBCHE63R3K 3-1623732-6 54
SBCHE63R9K 3-1623732-7 54
SBCHE6470RJ 3-1623732-8 54
SBCHE647RJ 3-1623732-9 54
SBCHE64K7J 4-1623732-0 54
SBCHE64R7K 4-1623732-1 54
SBCHE6560RJ 4-1623732-2 54
SBCHE656RJ 4-1623732-3 54
SBCHE65K6J 4-1623732-4 54
SBCHE65R6J 4-1623732-5 54
SBCHE6680RJ 4-1623732-7 54
SBCHE668RJ 4-1623732-8 54
SBCHE66K2J 4-1623732-9 54
SBCHE66K8J 5-1623732-0 54
SBCHE66R8J 5-1623732-1 54
SBCHE6820RJ 5-1623732-3 54
SBCHE682RJ 5-1623732-4 54

SBCHE68K2J 5-1623732-5 54
SBCHE68R2J 5-1623732-6 54
SBCHE6R47K 5-1623732-7 54
SBCHE6R56K 5-1623732-8 54
SBCHE6R68K 5-1623732-9 54
SBCHE6R82K 6-1623732-0 54
SBCHE7150RJ 1623733-1 54
SBCHE715KJ 1623733-7 54
SBCHE7220RJ 1623733-6 54
SBCHE7270RJ 1623733-2 54
SBCHE739RJ 1623733-3 54
SBCHE73R3J 1623733-4 54
SBCHE73R3K 1623733-8 54
SBCHE782RJ 1623733-5 54
SBCHE8150RJ 1676991-2 54
SBCHE847RJ 1676991-1 54
SBCLF433RJ 1676846-1 54
SBCV1510RJ 1623734-2 54
SBCV1522KK 1623734-3 54
SBCV63R9K 1623734-4 54
SBCV85R6J 1623734-1 54
SBL4R005F 1623819-1 34
SBL4R005J 1623819-2 34
SBL4R012J 1-1623819-6 34
SBL4R015F 1623819-3 34
SBL4R015J 1623819-4 34
SBL4R018J 1623819-5 34
SBL4R01F 1623819-6 34
SBL4R01J 1623819-7 34
SBL4R022F 1623819-8 34
SBL4R022J 1623819-9 34
SBL4R033F 1-1623819-0 34
SBL4R033J 1-1623819-1 34
SBL4R047J 1-1623819-2 34
SBL4R051F 1-1623819-3 34
SBL4R051J 1-1623819-4 34
SBL5R015J 1-1623819-5 34
SIL04E102G 1622799-1 152
SIL04E103J 1622799-2 152
SIL04E105J 1622799-9 152
SIL04E222J 1622799-3 152
SIL04E472J 1622799-4 152
SIL04M102J 1-1622799-0 152
SIL04M103J 1622799-5 152
SIL04M104J 1622799-8 152
SIL04M222J 1622799-6 152
SIL04M472J 1622799-7 152
SIL04M682J 1-1622799-1 152
SIL05E102J 1622800-1 152
SIL05E103G 3-1622800-3 152
SIL05E103J 1622800-2 152
SIL05E104J 1622800-3 152
SIL05E105J 1622800-4 152
SIL05E122J 2-1622800-8 152
SIL05E124G 1622800-5 152
SIL05E124J 1622800-6 152
SIL05E151G 1622800-7 152
SIL05E152J 1622800-8 152
SIL05E154J 1622800-9 152
SIL05E182J 2-1622800-5 152
SIL05E184J 1-1622800-0 152
SIL05E220G 1-1622800-1 152
SIL05E220J 1-1622800-2 152
SIL05E221J 2-1622800-7 152
SIL05E222J 1-1622800-3 152
SIL05E223J 1-1622800-4 152
SIL05E224J 1-1622800-5 152
SIL05E271J 2-1622800-6 152
SIL05E273J 1-1622800-6 152
SIL05E331J 1-1622800-7 152
SIL05E332J 1-1622800-8 152
SIL05E333J 3-1622800-1 152
SIL05E391J 1-1622800-9 152
SIL05E471G 2-1622800-0 152
SIL05E471J 2-1622800-1 152
SIL05E472J 2-1622800-2 152
SIL05E473J 2-1622800-3 152
SIL05E512J 2-1622800-4 152
SIL05E561J 2-1622800-9 152
SIL05E681J 3-1622800-0 152
SIL05E682J 3-1622800-2 152
SIL06E101J 2-1622801-4 152
SIL06E102G 1622801-1 152
SIL06E102J 1622801-2 152
SIL06E103G 1622801-3 152
SIL06E103J 1622801-4 152
SIL06E104G 1622801-5 152
SIL06E104J 2-1622801-5 152
SIL06E152J 1622801-6 152
SIL06E154G 1622801-7 152
SIL06E184J 2-1622801-6 152
SIL06E222G 1622801-8 152

SIL06E223G 1622801-9 152
SIL06E223J 1-1622801-0 152
SIL06E224G 1-1622801-1 152
SIL06E271J 1-1622801-2 152
SIL06E273J 1-1622801-3 152
SIL06E331G 1-1622801-4 152
SIL06E331J 1-1622801-5 152
SIL06E332G 1-1622801-6 152
SIL06E471J 1-1622801-7 152
SIL06E472G 1-1622801-8 152
SIL06E472J 1-1622801-9 152
SIL06E473G 2-1622801-0 152
SIL06E474J 2-1622801-1 152
SIL06E681G 2-1622801-2 152
SIL06E681J 2-1622801-3 152
SIL06M101J 1622802-1 152
SIL06M102G 1622802-2 152
SIL06M102J 1622802-3 152
SIL06M103G 1622802-4 152
SIL06M103J 1622802-5 152
SIL06M104G 1622802-6 152
SIL06M104J 1622802-7 152
SIL06M121J 1622802-8 152
SIL06M122J 1622802-9 152
SIL06M152J 1-1622802-0 152
SIL06M153J 1-1622802-1 152
SIL06M154G 1-1622802-2 152
SIL06M181J 1-1622802-3 152
SIL06M221J 1-1622802-4 152
SIL06M222J 1-1622802-5 152
SIL06M223G 1-1622802-6 152
SIL06M223J 1-1622802-7 152
SIL06M224J 3-1622802-1 152
SIL06M330G 1-1622802-8 152
SIL06M330J 3-1622802-2 152
SIL06M331J 1-1622802-9 152
SIL06M332J 2-1622802-0 152
SIL06M333G 2-1622802-1 152
SIL06M334J 2-1622802-9 152
SIL06M391J 3-1622802-4 152
SIL06M471G 2-1622802-2 152
SIL06M472J 2-1622802-3 152
SIL06M473G 2-1622802-4 152
SIL06M620J 3-1622802-0 152
SIL06M681J 2-1622802-5 152
SIL06M682J 3-1622802-3 152
SIL06M820J 2-1622802-6 152
SIL06M821J 2-1622802-7 152
SIL06M823G 2-1622802-8 152
SIL07E103G 1622803-1 152
SIL07E103J 1622803-2 152
SIL07E104G 1622803-3 152
SIL07E104J 1622803-4 152
SIL07E151G 1622803-5 152
SIL07E152J 1622803-6 152
SIL07E222G 1622803-7 152
SIL07E222J 1622803-8 152
SIL07E223G 1622803-9 152
SIL07E272J 1-1622803-0 152
SIL07E331J 1-1622803-1 152
SIL07E332J 1-1622803-5 152
SIL07E333J 1-1622803-2 152
SIL07E472J 1-1622803-3 152
SIL07E562J 1-1622803-4 152
SIL08E101G 1622804-1 152
SIL08E102G 1622804-2 152
SIL08E102J 1622804-3 152
SIL08E103J 1622804-4 152
SIL08E104G 1622804-5 152
SIL08E104J 1622804-6 152
SIL08E105G 1622804-7 152
SIL08E105J 4-1622804-5 152
SIL08E151G 1622804-8 152
SIL08E152G 1622804-9 152
SIL08E152J 1-1622804-0 152
SIL08E153G 1-1622804-1 152
SIL08E154G 1-1622804-2 152
SIL08E154J 1-1622804-3 152
SIL08E181J 1-1622804-4 152
SIL08E220G 1-1622804-5 152
SIL08E221G 1-1622804-6 152
SIL08E222G 1-1622804-7 152
SIL08E222J 4-1622804-4 152
SIL08E223G 1-1622804-8 152
SIL08E223J 1-1622804-9 152
SIL08E224G 2-1622804-0 152
SIL08E224J 2-1622804-1 152
SIL08E271G 2-1622804-2 152
SIL08E272G 2-1622804-3 152
SIL08E272J 2-1622804-4 152
SIL08E330G 2-1622804-5 152
SIL08E331G 2-1622804-6 152

* Please contact your Sales Representative for parts not listed
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SIL08E332G 2-1622804-7 152
SIL08E332J 2-1622804-8 152
SIL08E334G 2-1622804-9 152
SIL08E334J 3-1622804-0 152
SIL08E470G 3-1622804-1 152
SIL08E471G 3-1622804-2 152
SIL08E471J 4-1622804-6 152
SIL08E472G 3-1622804-3 152
SIL08E472J 3-1622804-4 152
SIL08E473G 3-1622804-5 152
SIL08E474G 3-1622804-6 152
SIL08E561G 3-1622804-7 152
SIL08E562G 3-1622804-8 152
SIL08E680G 3-1622804-9 152
SIL08E681G 4-1622804-0 152
SIL08E681J 4-1622804-1 152
SIL08E683G 4-1622804-2 152
SIL08E821G 4-1622804-3 152
SIL08E821J 4-1622804-7 152
SIL08M100J 1622805-1 152
SIL08M101G 1622805-2 152
SIL08M101J 1622805-3 152
SIL08M102G 1622805-4 152
SIL08M102J 1622805-5 152
SIL08M103G 1622805-6 152
SIL08M103J 1622805-7 152
SIL08M104G 1622805-8 152
SIL08M104J 1622805-9 152
SIL08M105J 1-1622805-0 152
SIL08M121J 1-1622805-1 152
SIL08M122J 1-1622805-2 152
SIL08M132G 1-1622805-3 152
SIL08M151G 1-1622805-4 152
SIL08M151J 1-1622805-5 152
SIL08M152J 1-1622805-6 152
SIL08M153J 1-1622805-7 152
SIL08M154G 1-1622805-8 152
SIL08M154J 1-1622805-9 152
SIL08M181J 2-1622805-0 152
SIL08M182G 2-1622805-1 152
SIL08M182J 2-1622805-2 152
SIL08M183J 6-1622805-4 152
SIL08M202G 2-1622805-3 152
SIL08M204G 2-1622805-4 152
SIL08M221G 2-1622805-5 152
SIL08M221J 2-1622805-6 152
SIL08M222J 2-1622805-7 152
SIL08M223G 2-1622805-8 152
SIL08M223J 2-1622805-9 152
SIL08M224G 3-1622805-0 152
SIL08M270J 6-1622805-3 152
SIL08M271J 3-1622805-1 152
SIL08M272G 3-1622805-2 152
SIL08M272J 6-1622805-7 152
SIL08M273J 3-1622805-3 152
SIL08M330J 3-1622805-4 152
SIL08M331G 3-1622805-5 152
SIL08M331J 3-1622805-6 152
SIL08M332G 3-1622805-7 152
SIL08M332J 3-1622805-8 152
SIL08M333J 3-1622805-9 152
SIL08M334G 4-1622805-0 152
SIL08M334J 4-1622805-1 152
SIL08M391J 4-1622805-2 152
SIL08M392J 6-1622805-6 152
SIL08M393J 4-1622805-3 152
SIL08M470G 4-1622805-4 152
SIL08M470J 4-1622805-5 152
SIL08M471G 4-1622805-6 152
SIL08M471J 4-1622805-7 152
SIL08M472G 4-1622805-8 152
SIL08M472J 4-1622805-9 152
SIL08M473G 5-1622805-0 152
SIL08M473J 5-1622805-1 152
SIL08M474J 6-1622805-5 152
SIL08M560J 5-1622805-2 152
SIL08M561J 5-1622805-3 152
SIL08M562G 5-1622805-4 152
SIL08M562J 5-1622805-5 152
SIL08M563J 5-1622805-6 152
SIL08M681J 5-1622805-7 152
SIL08M682J 5-1622805-8 152
SIL08M683G 5-1622805-9 152
SIL08M683J 6-1622805-0 152
SIL08M750J 6-1622805-1 152
SIL08M820J 6-1622805-2 152
SIL09E101J 1622806-1 152
SIL09E102J 1622806-2 152
SIL09E103G 1622806-3 152
SIL09E103J 1622806-4 152
SIL09E104G 1622806-5 152
SIL09E104J 1622806-6 152

SIL09E105G 1622806-7 152
SIL09E105J 1622806-8 152
SIL09E122J 1622806-9 152
SIL09E123J 1-1622806-0 152
SIL09E151J 1-1622806-1 152
SIL09E152G 1-1622806-2 152
SIL09E152J 1-1622806-3 152
SIL09E153G 1-1622806-4 152
SIL09E153J 1-1622806-5 152
SIL09E154J 1-1622806-6 152
SIL09E182J 1-1622806-7 152
SIL09E203J 1-1622806-8 152
SIL09E220G 1-1622806-9 152
SIL09E221G 2-1622806-0 152
SIL09E221J 2-1622806-1 152
SIL09E222G 5-1622806-6 152
SIL09E222J 2-1622806-2 152
SIL09E223J 2-1622806-3 152
SIL09E224J 2-1622806-4 152
SIL09E271J 2-1622806-5 152
SIL09E272G 2-1622806-6 152
SIL09E272J 2-1622806-7 152
SIL09E273J 5-1622806-5 152
SIL09E331G 2-1622806-8 152
SIL09E331J 2-1622806-9 152
SIL09E332G 3-1622806-0 152
SIL09E332J 3-1622806-1 152
SIL09E333G 3-1622806-2 152
SIL09E333J 5-1622806-8 152
SIL09E334J 3-1622806-3 152
SIL09E391G 3-1622806-4 152
SIL09E391J 3-1622806-5 152
SIL09E393G 3-1622806-6 152
SIL09E432J 5-1622806-7 152
SIL09E470G 3-1622806-7 152
SIL09E471G 3-1622806-8 152
SIL09E471J 3-1622806-9 152
SIL09E472G 4-1622806-0 152
SIL09E472J 4-1622806-1 152
SIL09E473J 4-1622806-2 152
SIL09E474G 4-1622806-3 152
SIL09E474J 4-1622806-4 152
SIL09E512J 4-1622806-5 152
SIL09E561J 4-1622806-6 152
SIL09E562J 4-1622806-7 152
SIL09E622J 4-1622806-8 152
SIL09E680G 4-1622806-9 152
SIL09E681J 5-1622806-0 152
SIL09E682J 5-1622806-1 152
SIL09E683J 5-1622806-2 152
SIL09E821J 5-1622806-3 152
SIL09E822J 5-1622806-4 152
SIL10E101G 1622807-1 152
SIL10E102G 1622807-2 152
SIL10E102J 1622807-3 152
SIL10E103G 1622807-4 152
SIL10E103J 1622807-5 152
SIL10E104G 1622807-6 152
SIL10E122G 1622807-7 152
SIL10E153G 1622807-8 152
SIL10E182G 1622807-9 152
SIL10E202G 1-1622807-0 152
SIL10E220G 1-1622807-1 152
SIL10E222G 1-1622807-2 152
SIL10E222J 1-1622807-3 152
SIL10E223G 1-1622807-4 152
SIL10E223J 1-1622807-5 152
SIL10E224G 1-1622807-6 152
SIL10E272G 1-1622807-7 152
SIL10E272J 3-1622807-4 152
SIL10E331G 1-1622807-8 152
SIL10E333G 1-1622807-9 152
SIL10E334G 2-1622807-0 152
SIL10E391G 2-1622807-1 152
SIL10E392G 2-1622807-2 152
SIL10E470G 2-1622807-3 152
SIL10E471G 2-1622807-4 152
SIL10E472G 2-1622807-5 152
SIL10E472J 2-1622807-6 152
SIL10E473G 2-1622807-7 152
SIL10E473J 2-1622807-8 152
SIL10E474G 2-1622807-9 152
SIL10E681G 3-1622807-0 152
SIL10E682G 3-1622807-1 152
SIL10E821J 3-1622807-2 152
SIL10E822G 3-1622807-3 152
SIL10M101G 1622808-1 152
SIL10M101J 1622808-2 152
SIL10M102G 1622808-3 152
SIL10M102J 1622808-4 152
SIL10M103J 1622808-5 152
SIL10M104G 1622808-6 152

SIL10M104J 1622808-7 152
SIL10M153J 1622808-8 152
SIL10M221J 1622808-9 152
SIL10M223J 1-1622808-0 152
SIL10M392G 1-1622808-1 152
SIL10M431J 1-1622808-6 152
SIL10M470G 1-1622808-2 152
SIL10M472J 1-1622808-3 152
SIL10M473J 1-1622808-4 152
SIL10M680G 1-1622808-5 152
SIL11E103J 1622809-1 152
SIL11E332J 1622809-2 152
SIL11E333J 1622809-3 152
SIL12E103J 1622810-1 152
SIL12E104J 1-1622810-0 152
SIL12E225J 1622810-7 152
SIL12M104G 1622810-2 152
SIL12M105J 1622810-3 152
SIL12M181J 1622810-8 152
SIL12M222J 1622810-4 152
SIL12M470J 1622810-5 152
SIL12M472J 1622810-9 152
SIL12M561G 1622810-6 152
SIL13E105G 1622811-1 152
SIL13E223J 1622811-2 152
SIL13E224G 1622811-3 152
SIL13E332J 1622811-4 152
SIL13E472J 1622811-5 152
SL1R015JT 1624251-1 30
SL1R018GT 1624252-1 30
SL1R01J 1624253-1 30
SL1R01JT 1624253-2 30
SL1R022F 1624254-1 30
SL1R022FT 1624254-2 30
SL1R022JT 1624254-3 30
SL1R02F 1624255-1 30
SL1R02FT 1624255-3 30
SL1R02JT 1624255-2 30
SL1R033JT 1624256-1 30
SL1R03FT 1624256-2 30
SL1R047JT 1624257-1 30
SL1R051JT 1624258-1 30
SL1R056FT 1624259-1 30
SL1R05JT 1624260-1 30
SL1R062ET 1624261-1 30
SL1R068J 1624262-1 30
SL1R068JT 1624262-2 30
SL1R075ET 1624263-1 30
SL1R07F 1624264-2 30
SL1R07JT 1624264-1 30
SL1R09F 1624264-3 30
SL1R10J 1624265-1 30
SL1R10JT 1624265-2 30
SL2R005JT 1624266-1 30
SL2R022FT 1624267-1 30
SL2R03JT 1624268-1 30
SL3R01J 1624269-1 30
SL3R075F 1624270-1 30
SMF2100KJT 6-1879011-5 45
SMF210KJT 4-1879011-1 45
SMF2120KJT 6-1879011-7 45
SMF212KJT 4-1879011-3 45
SMF2150KJT 6-1879011-9 45
SMF215KJT 4-1879011-5 45
SMF2180KJT 7-1879011-1 45
SMF218KJT 4-1879011-7 45
SMF21K0JT 1-1879011-7 45
SMF21K2JT 1-1879011-9 45
SMF21K5JT 2-1879011-1 45
SMF21K8JT 2-1879011-3 45
SMF21M0JT 8-1879011-9 45
SMF2220KJT 7-1879011-3 45
SMF2220RJT 1879011-1 45
SMF222KJT 4-1879011-9 45
SMF2270KJT 7-1879011-5 45
SMF2270RJT 1879011-3 45
SMF227KJT 5-1879011-1 45
SMF22K2JT 2-1879011-5 45
SMF22K7JT 2-1879011-7 45
SMF2330KJT 7-1879011-7 45
SMF2330RJT 1879011-5 45
SMF233KJT 5-1879011-3 45
SMF2390KJT 7-1879011-9 45
SMF2390RJT 1879011-7 45
SMF239KJT 5-1879011-5 45
SMF23K3JT 2-1879011-9 45
SMF23K9JT 3-1879011-1 45
SMF2470KJT 8-1879011-1 45
SMF2470RJT 1879011-9 45
SMF247KJT 5-1879011-7 45
SMF24K7JT 3-1879011-3 45
SMF2560KJT 8-1879011-3 45

SMF2560RJT 1-1879011-1 45
SMF256KJT 5-1879011-9 45
SMF25K6JT 3-1879011-5 45
SMF2680KJT 8-1879011-5 45
SMF2680RJT 1-1879011-3 45
SMF268KJT 6-1879011-1 45
SMF26K8JT 3-1879011-7 45
SMF2820KJT 8-1879011-7 45
SMF2820RJT 1-1879011-5 45
SMF282KJT 6-1879011-3 45
SMF28K2JT 3-1879011-9 45
SMF3100KJT 6-1879022-1 45
SMF310KJT 3-1879022-7 45
SMF3120KJT 6-1879022-3 45
SMF312KJT 3-1879022-9 45
SMF3150KJT 6-1879022-5 45
SMF315KJT 4-1879022-1 45
SMF3180KJT 6-1879022-7 45
SMF318KJT 4-1879022-3 45
SMF31K0JT 1-1879022-3 45
SMF31K2JT 1-1879022-5 45
SMF31K5JT 1-1879022-7 45
SMF31K8JT 1-1879022-9 45
SMF31M0JT 8-1879022-5 45
SMF3220KJT 6-1879022-9 45
SMF322KJT 4-1879022-5 45
SMF3270KJT 7-1879022-1 45
SMF327KJT 4-1879022-7 45
SMF32K2JT 2-1879022-1 45
SMF32K7JT 2-1879022-3 45
SMF3330KJT 7-1879022-3 45
SMF3330RJT 1879022-1 45
SMF333KJT 4-1879022-9 45
SMF3390KJT 7-1879022-5 45
SMF3390RJT 1879022-3 45
SMF339KJT 5-1879022-1 45
SMF33K3JT 2-1879022-5 45
SMF33K9JT 2-1879022-7 45
SMF3470KJT 7-1879022-7 45
SMF3470RJT 1879022-5 45
SMF347KJT 5-1879022-3 45
SMF34K7JT 2-1879022-9 45
SMF3560KJT 7-1879022-9 45
SMF3560RJT 1879022-7 45
SMF356KJT 5-1879022-5 45
SMF35K6JT 3-1879022-1 45
SMF3680KJT 8-1879022-1 45
SMF3680RJT 1879022-9 45
SMF368KJT 5-1879022-7 45
SMF36K8JT 3-1879022-3 45
SMF3820KJT 8-1879022-3 45
SMF3820RJT 1-1879022-1 45
SMF382KJT 5-1879022-9 45
SMF38K2JT 3-1879022-5 45
SMW2100RJT 7-1676966-3 45
SMW210RJT 4-1676966-9 45
SMW2120RJT 7-1676966-5 45
SMW212RJT 5-1676966-1 45
SMW2150RJT 7-1676966-7 45
SMW215RJT 5-1676966-3 45
SMW2180RJT 7-1676966-9 45
SMW218RJT 5-1676966-5 45
SMW21R0JT 2-1676966-5 45
SMW21R2JT 2-1676966-7 45
SMW21R5JT 2-1676966-9 45
SMW21R8JT 3-1676966-1 45
SMW222RJT 5-1676966-7 45
SMW227RJT 5-1676966-9 45
SMW22R2JT 3-1676966-3 45
SMW22R7JT 3-1676966-5 45
SMW233RJT 6-1676966-1 45
SMW239RJT 6-1676966-3 45
SMW23R3JT 3-1676966-7 45
SMW23R9JT 3-1676966-9 45
SMW247RJT 6-1676966-5 45
SMW24R7JT 4-1676966-1 45
SMW256RJT 6-1676966-7 45
SMW25R6JT 4-1676966-3 45
SMW268RJT 6-1676966-9 45
SMW26R8JT 4-1676966-5 45
SMW282RJT 7-1676966-1 45
SMW28R2JT 4-1676966-7 45
SMW2R10JT 1676966-1 45
SMW2R12JT 1676966-3 45
SMW2R15JT 1676966-5 45
SMW2R18JT 1676966-7 45
SMW2R22JT 1676966-9 45
SMW2R27JT 1-1676966-1 45
SMW2R33JT 1-1676966-3 45
SMW2R39JT 1-1676966-5 45
SMW2R47JT 1-1676966-7 45
SMW2R56JT 1-1676966-9 45

* Please contact your Sales Representative for parts not listed
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SMW2R68JT 2-1676966-1 45
SMW2R82JT 2-1676966-3 45
SMW3100RJT 7-1879021-3 45
SMW310RJT 4-1879021-9 45
SMW3120RJT 7-1879021-5 45
SMW312RJT 5-1879021-1 45
SMW3150RJT 7-1879021-7 45
SMW315RJT 5-1879021-3 45
SMW3180RJT 7-1879021-9 45
SMW318RJT 5-1879021-5 45
SMW31R0JT 2-1879021-5 45
SMW31R2JT 2-1879021-7 45
SMW31R5JT 2-1879021-9 45
SMW31R8JT 3-1879021-1 45
SMW3220RJT 8-1879021-1 45
SMW322RJT 5-1879021-7 45
SMW3270RJT 8-1879021-3 45
SMW327RJT 5-1879021-9 45
SMW32R2JT 3-1879021-3 45
SMW32R7JT 3-1879021-5 45
SMW333RJT 6-1879021-1 45
SMW339RJT 6-1879021-3 45
SMW33R3JT 3-1879021-7 45
SMW33R9JT 3-1879021-9 45
SMW347RJT 6-1879021-5 45
SMW34R7JT 4-1879021-1 45
SMW356RJT 6-1879021-7 45
SMW35R6JT 4-1879021-3 45
SMW368RJT 6-1879021-9 45
SMW36R8JT 4-1879021-5 45
SMW382RJT 7-1879021-1 45
SMW38R2JT 4-1879021-7 45
SMW3R10JT 1879021-1 45
SMW3R12JT 1879021-3 45
SMW3R15JT 1879021-5 45
SMW3R18JT 1879021-7 45
SMW3R22JT 1879021-9 45
SMW3R27JT 1-1879021-1 45
SMW3R33JT 1-1879021-3 45
SMW3R39JT 1-1879021-5 45
SMW3R47JT 1-1879021-7 45
SMW3R56JT 1-1879021-9 45
SMW3R68JT 2-1879021-1 45
SMW3R82JT 2-1879021-3 45
SP1/2100RJT 1624271-2 48
SP1/210RFT 1624271-4 48
SP1/2R075FT 1624271-1 48
SP1/2R10FT 1624271-3 48
SP1/2R59FT 1624271-5 48
SP1/2R68JT 1624272-1 48
SP1100RJT 1624273-5 48
SP110RET 1624273-1 48
SP110RF 1624273-2 48
SP110RFT 1624273-6 48
SP110RJ 1624273-3 48
SP110RJT 1624273-4 48
SP1110RJ 1-1624273-0 48
SP1110RJT 1-1624273-1 48
SP1120RFT 1624274-2 48
SP1120RJT 1624274-1 48
SP1130RJT 1624275-1 48
SP1150RFT 1624276-1 48
SP1150RJ 1624276-2 48
SP1150RJT 1624276-3 48
SP117R8ET 1-1624276-0 48
SP11K5FT 1624277-1 48
SP11K5JT 1624277-2 48
SP11R0J 1624278-1 48
SP11R0JT 1624278-2 48
SP11R2F 1624279-1 48
SP11R5J 1624280-1 48
SP11R5JT 1624280-2 48
SP1220RJT 1624281-1 48
SP1237RFT 1624282-1 48
SP1270RF 1-1624282-0 48
SP1270RFT 1-1624282-1 48
SP12K21B 1624282-2 48
SP12R0J 1624283-1 48
SP1475RB 1624284-2 48
SP147R5J 1624284-1 48
SP147RJT 1624285-1 48
SP149R9FT 1624285-2 48
SP14R02F 1624286-1 48
SP163R4E 1624287-1 48
SP182RJT 1624288-1 48
SP195R3JT 1624289-1 48
SP1R10FT 1624290-1 48
SP1R10J 1624290-2 48
SP1R10JT 1624290-3 48
SP1R12J 1624291-1 48
SP1R12JT 1624291-2 48
SP1R15F 1624291-3 48

SP1R20J 1624292-1 48
SP1R20JT 1624292-2 48
SP1R27F 1-1624292-0 48
SP1R27FT 1-1624292-1 48
SP1R412FT 2-1624292-0 48
SP1R47FT 1624293-1 48
SP1R47J 1624293-2 48
SP1R50J 1624294-1 48
SP1R649FT 1-1624294-0 48
SP1R68F 1624295-1 48
SP1R68J 1624295-2 48
SP1R75F 1624296-1 48
SP210RFT 1624297-1 48
SP213R3F 1624298-1 48
SP213R3FT 1624298-2 48
SP218RJT 1624299-1 48
SP21K5FT 2-1624299-0 48
SP21R0FT 1624300-1 48
SP2200RJT 1624301-1 48
SP2220RJ 1624301-2 48
SP2220RJT 1624301-3 48
SP2249RF 1624301-9 48
SP2249RFT 1-1624301-0 48
SP22R2FT 1624302-1 48
SP22R2JT 1624302-2 48
SP233RJT 1624303-1 48
SP23K16F 1624304-1 48
SP23K16FT 1624304-2 48
SP247RFT 1624305-1 48
SP24K7FT 1624306-1 48
SP25K6FT 1624307-1 48
SP25R1JT 1624308-1 48
SP268RFT 1624309-1 48
SP2910RJT 1624310-1 48
SP2R10J 1624311-1 48
SP2R10JT 1624311-2 48
SP2R22JT 1624312-1 48
SP2R33JT 1624313-1 48
SP2R59FT 1624314-1 48
SP310RJT 1624315-1 48
SP31R0J 1624316-1 48
SP31R0JT 1624316-2 48
SP31R2FT 1624316-3 48
SP3220RJ 1624317-1 48
SP322R1FT 1-1624317-0 48
SP3240RJ 1624318-1 48
SP324RJ 1624318-5 48
SP343RF 1624319-1 48
SP347RJ 1624320-1 48
SP356R2F 1-1624320-0 48
SPS1027KJ 1623778-1 51
SPS715KJ 1623778-4 51
SPS727KJ 1623778-3 51
SPS7R68J 1623778-5 51
SPSR102K2J 1623778-6 51
SQBW2010RJ 1623779-5 51
SQBW3010RJ 1623779-8 51
SQBW4010RJ 1623779-6 51
SQBW40150RJ 1623779-1 51
SQBW4047RJ 1623779-4 51
SQHW40150RJ 1623780-1 51
SQMR1010KJ 1623781-9 51
SQMR1027KK 1623781-1 51
SQMR1033KJ 1623781-8 51
SQMR1047KJ 1623781-2 51
SQMR1075KJ 1623781-3 51
SQMR210KJ 1-1623781-0 51
SQMR2150RJ 1623781-4 51
SQMR2470RJ 1623781-5 51
SQMR3100KG 1623781-6 51
SQMR3270RJ 1623781-7 51
SQMR510KJ 1623782-1 51
SQMR511KJ 1623782-2 51
SQMR512KJ 2-1623782-2 51
SQMR515KJ 1623782-3 51
SQMR518KJ 1-1623782-8 51
SQMR51K0J 1623782-4 51
SQMR51K5J 1623782-5 51
SQMR5220RJ 1623782-6 51
SQMR522KJ 1623782-7 51
SQMR52K2J 1623782-8 51
SQMR530KJ 1623782-9 51
SQMR5330RJ 1-1623782-0 51
SQMR533KJ 1-1623782-1 51
SQMR5390RJ 2-1623782-1 51
SQMR539KJ 2-1623782-0 51
SQMR53K3J 1-1623782-9 51
SQMR5470RJ 1-1623782-2 51
SQMR547KJ 1-1623782-3 51
SQMR54K7J 1-1623782-4 51
SQMR55K6J 2-1623782-3 51
SQMR5680RJ 1-1623782-5 51

SQMR568KJ 1-1623782-6 51
SQMR56K8J 1-1623782-7 51
SQMR58K2J 2-1623782-4 51
SQMR7100KJ 2-1623783-1 51
SQMR710KJ 1623783-1 51
SQMR715KJ 1623783-2 51
SQMR718KJ 1623783-3 51
SQMR71K0J 1623783-4 51
SQMR71K5J 1623783-5 51
SQMR7220RJ 1623783-6 51
SQMR722KJ 1623783-7 51
SQMR72K2G 2-1623783-0 51
SQMR72K2J 1623783-8 51
SQMR733KJ 1623783-9 51
SQMR739KJ 1-1623783-0 51
SQMR73K3J 1-1623783-1 51
SQMR7470RJ 1-1623783-2 51
SQMR747KG 1-1623783-3 51
SQMR747KJ 1-1623783-4 51
SQMR74K7J 1-1623783-5 51
SQMR75K6J 1-1623783-6 51
SQMR7680RJ 1-1623783-7 51
SQMR76K8J 1-1623783-8 51
SQMVRL227KJ 1623784-1 51
SQMW10100RJ 1623785-1 51
SQMW1010RJ 1623785-2 51
SQMW1015RJ 1623785-5 51
SQMW101R0J 1623785-3 51
SQMW1047RJ 1623785-4 51
SQMW1075RJ 1623785-7 51
SQMW10R68J 1623785-6 51
SQMW210RJ 1623786-1 51
SQMW24R7J 1623786-2 51
SQMW310RJ 1623787-1 51
SQMW3150RJ 1623787-9 51
SQMW322RJ 1623787-2 51
SQMW32R0J 1623787-3 51
SQMW3R10J 1623787-4 51
SQMW3R36J 1623787-7 51
SQMW3R47K 1623787-6 51
SQMW3R56J 1623787-8 51
SQMW5100RJ 1623788-1 51
SQMW510RJ 1623788-2 51
SQMW5120RJ 1623788-3 51
SQMW512RJ 1623788-4 51
SQMW5130RJ 1623788-5 51
SQMW5150RJ 1623788-6 51
SQMW515RJ 1623788-7 51
SQMW518RJ 1623788-8 51
SQMW51R0J 1623788-9 51
SQMW522RJ 1-1623788-0 51
SQMW527RJ 1-1623788-1 51
SQMW52R2J 1-1623788-2 51
SQMW533RJ 1-1623788-3 51
SQMW53R3J 1-1623788-4 51
SQMW547RJ 1-1623788-5 51
SQMW54R7J 1-1623788-6 51
SQMW556RJ 3-1623788-2 51
SQMW568RJ 1-1623788-7 51
SQMW56R8J 1-1623788-8 51
SQMW582RJ 1-1623788-9 51
SQMW58R2J 2-1623788-0 51
SQMW5R05J 3-1623788-1 51
SQMW5R10J 2-1623788-1 51
SQMW5R15J 2-1623788-2 51
SQMW5R18J 2-1623788-3 51
SQMW5R20J 2-1623788-4 51
SQMW5R22J 2-1623788-5 51
SQMW5R27J 2-1623788-6 51
SQMW5R33J 2-1623788-7 51
SQMW5R39J 2-1623788-8 51
SQMW5R47J 2-1623788-9 51
SQMW5R68J 3-1623788-0 51
SQMW7100RJ 1623789-1 51
SQMW710RJ 1623789-2 51
SQMW7120RJ 2-1623789-9 51
SQMW7130RJ 1623789-3 51
SQMW7150RJ 1623789-4 51
SQMW715RJ 1623789-5 51
SQMW7180RJ 1623789-6 51
SQMW71R0G 2-1623789-8 51
SQMW71R0J 1623789-7 51
SQMW71R8J 2-1623789-7 51
SQMW7220RJ 1623789-8 51
SQMW722RJ 1623789-9 51
SQMW72R2G 1-1623789-0 51
SQMW72R2J 1-1623789-1 51
SQMW7330RJ 3-1623789-2 51
SQMW733RJ 1-1623789-2 51
SQMW7390RJ 2-1623789-6 51
SQMW739RJ 1-1623789-3 51
SQMW73R3J 1-1623789-4 51

SQMW747RJ 1-1623789-5 51
SQMW74R7J 1-1623789-6 51
SQMW75R6J 1-1623789-7 51
SQMW768RJ 1-1623789-8 51
SQMW76R8J 1-1623789-9 51
SQMW7R10J 2-1623789-0 51
SQMW7R13J 2-1623789-5 51
SQMW7R22J 2-1623789-1 51
SQMW7R33J 2-1623789-2 51
SQMW7R47J 2-1623789-3 51
SQMW7R68J 2-1623789-4 51
SQMWS10100RJ 1623790-1 51
SQMWS1010RJ 1623790-2 51
SQMWS1047RJ 1623790-3 51
SQMWS108K0F 1623790-4 51
SQPR1010KJ 1623791-1 51
SQPR1015KG 1623791-2 51
SQPR101K0J 1623791-3 51
SQPR104K7J 1623791-4 51
SQPR2620RJ 1623792-1 51
SQPR510KJ 1623793-1 51
SQPR515KJ 1623793-2 51
SQPR51K0J 1623793-3 51
SQPR51K5J 1623793-4 51
SQPR5220RJ 1-1623793-5 51
SQPR522KJ 1623793-5 51
SQPR5240RJ 1623793-6 51
SQPR5270RJ 1-1623793-7 51
SQPR527KJ 1623793-7 51
SQPR52K2J 1623793-8 51
SQPR5330RJ 1623793-9 51
SQPR5330RK8 1-1623793-8 51
SQPR533KJ 1-1623793-6 51
SQPR53K3J 1-1623793-0 51
SQPR5470RJ 1-1623793-1 51
SQPR547KJ 1-1623793-2 51
SQPR54K7J 1-1623793-3 51
SQPR5680RJ 1-1623793-4 51
SQPR710KJ 1623794-1 51
SQPR71K0J 1623794-2 51
SQPR722KJ 1623794-3 51
SQPR7470RJ 1623794-4 51
SQPR7560RJ 1623794-6 51
SQPR75K6J 1623794-5 51
SQPW10100RJ 1623795-1 51
SQPW1010RJ 1623795-2 51
SQPW1015RJ 1623795-3 51
SQPW101R0J 1623795-4 51
SQPW10220RJ 1623795-5 51
SQPW1022RJ 1623795-6 51
SQPW102R2J 1623795-7 51
SQPW1033RJ 1623795-8 51
SQPW103R3J 1623795-9 51
SQPW103R9J 1-1623795-0 51
SQPW10470RJ 1-1623795-1 51
SQPW1047RJ 1-1623795-2 51
SQPW104R7J 1-1623795-3 51
SQPW105R6J 1-1623795-4 51
SQPW1068RJ 1-1623795-5 51
SQPW106R8J 1-1623795-6 51
SQPW107R5J 1-1623795-7 51
SQPW108R2J 1-1623795-8 51
SQPW10R10J 1-1623795-9 51
SQPW10R22J 2-1623795-0 51
SQPW10R47J 2-1623795-1 51
SQPW153R3J 2-1623795-2 51
SQPW2R047J 2-1623795-3 51
SQPW2R10J 6-1623795-5 51
SQPW2R10K 2-1623795-4 51
SQPW310RJ 2-1623795-5 51
SQPW3R47J 2-1623795-6 51
SQPW5100RJ 2-1623795-7 51
SQPW510RJ 2-1623795-8 51
SQPW515RJ 2-1623795-9 51
SQPW51R0J 3-1623795-0 51
SQPW522RJ 3-1623795-1 51
SQPW527RJ 3-1623795-2 51
SQPW52R2J 3-1623795-3 51
SQPW533RJ 3-1623795-4 51
SQPW53R3J 3-1623795-5 51
SQPW547RJ 3-1623795-6 51
SQPW54R7J 3-1623795-7 51
SQPW568RJ 3-1623795-8 51
SQPW56R8J 3-1623795-9 51
SQPW5R01J 4-1623795-0 51
SQPW5R022J 4-1623795-1 51
SQPW5R033J 4-1623795-2 51
SQPW5R047J 4-1623795-3 51
SQPW5R10J 4-1623795-4 51
SQPW5R22J 4-1623795-5 51
SQPW5R33J 4-1623795-6 51
SQPW5R47J 4-1623795-7 51

* Please contact your Sales Representative for parts not listed
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SQPW5R68J 4-1623795-8 51
SQPW7100RJ 4-1623795-9 51
SQPW710RJ 5-1623795-0 51
SQPW715RJ 5-1623795-1 51
SQPW71R0J 5-1623795-2 51
SQPW7220RJ 5-1623795-3 51
SQPW722RJ 5-1623795-4 51
SQPW72R2J 5-1623795-5 51
SQPW747RJ 5-1623795-6 51
SQPW74R7J 5-1623795-7 51
SQPW76R8J 5-1623795-8 51
SQPW78R2J 5-1623795-9 51
SQPW7R10J 6-1623795-0 51
SQPW7R22J 6-1623795-1 51
SQPW7R33J 6-1623795-2 51
SQPW7R47J 6-1623795-3 51
SQPW7R68J 6-1623795-4 51
SQT727KJ 1623796-1 51
SQZ1033RJ 1623797-9 51
SQZ154R7K 1623798-1 51
SQZ2010RJ 1623799-1 51
SQZ2015RJ 1623799-2 51
SQZ2018KG 1623799-3 51
SQZ2018RJ 1623799-8 51
SQZ203R9J 1623799-6 51
SQZ204R7J 1623799-4 51
SQZ206R8J 1623799-7 51
SQZ208R2J 1623799-5 51
SQZ7100RJ 1623800-2 51
SQZ7R47K 1623800-1 51
SQZR1022KJ 1623801-1 51
SQZR1515KJ 1623802-3 51
SQZR152K0J 1623802-1 51
SQZR155KJ 1623802-4 51
SQZR5510RJ 1-1623807-3 51
SQZR710KJ 1623803-5 51
SQZR715KJ 1623803-1 51
SQZR71K0J 1623803-6 51
SQZR722KJ 1623803-2 51
SQZR72K2J 1623803-7 51
SQZR733KJ 1623803-3 51
SQZR7470RJ 1623803-8 51
SQZR747KJ 1623803-9 51
SQZR74K7J 1-1623803-0 51
SQZR7680RJ 1623803-4 51
SQZW1010RJ 1623797-1 51
SQZW10150RJ 1623804-6 51
SQZW1015RJ 1623804-1 51
SQZW10180RJ 1623804-7 51
SQZW1022RJ 1623804-5 51
SQZW1027RJ 1623797-2 51
SQZW1033RJ 1623804-2 51
SQZW103R9J 1623804-3 51
SQZW1047RJ 1623797-4 51
SQZW104R7J 1623804-4 51
SQZW106R8J 1623797-6 51
SQZW108R2J 1623797-7 51
SQZW154R7K 1623805-1 51
SQZW2012RJ 1623806-1 51
SQZW5100RJ 1-1623807-2 51
SQZW510RJ 1623807-1 51
SQZW51R5J 1623807-6 51
SQZW522RJ 1-1623807-1 51
SQZW52R2J 1623807-9 51
SQZW5R10J 1-1623807-0 51
SQZW5R15J 1623807-2 51
SQZW5R18J 1623807-8 51
SQZW5R22J 1623807-3 51
SQZW5R27J 1623807-7 51
SQZW5R39J 1623807-4 51
SQZW5R51J 1623807-5 51
SQZW7100RJ 1623808-7 51
SQZW710RJ 1623808-8 51
SQZW7130RJ 1623808-9 51
SQZW715RJ 1-1623808-0 51
SQZW71R0J 1623808-1 51
SQZW7220RJ 1623808-2 51
SQZW722RJ 1-1623808-1 51
SQZW72R2J 1-1623808-2 51
SQZW733RJ 1-1623808-3 51
SQZW739RJ 2-1623808-0 51
SQZW73R3J 1623808-3 51
SQZW747RJ 1-1623808-4 51
SQZW74R7J 1-1623808-5 51
SQZW768RJ 1-1623808-6 51
SQZW76R8J 1-1623808-7 51
SQZW7R10J 1623808-4 51
SQZW7R22J 1623808-5 51
SQZW7R33J 1-1623808-8 51
SQZW7R47J 1623808-6 51
SQZW7R68J 1-1623808-9 51
TCR0805L4K7 1623707-1 135

TCR0805P22R 1623707-2 135
TCR0805P47K 1623707-3 135
TG5247RJB 1676117-1 68
TG53JB441K5 1676749-1 68
TG54JS53180R 1630996-1 68
TG54JS531K5 1630996-3 68
TG61-10RKB 1630340-1 68
TG61-3R3KB 1630341-1 68
TG61-9K4KB 1630342-1 68
TG62-22KKB 1630343-1 68
TG66-15RKB 1630344-1 68
TG66-47RKB 1630345-1 68
TG81-210RJSM2 1676788-1 68
TG83-53KJSM2 1676787-1 68
TG85-100RJSM6 1630346-1 68
TL2BR015FTE 4-1625826-1 26
TL2BR018FTE 4-1625826-2 26
TL2BR01FTE 4-1625826-3 26
TL2BR022FTE 4-1625826-4 26
TL2BR033FTE 4-1625826-5 26
TL2BR047FTE 4-1625826-6 26
TL2BR051FTE 1625826-7 26
TL2BR068FTE 4-1625826-8 26
TL2BR075FTE 1-1625826-1 26
TL2BR082FTE 1-1625826-2 26
TL2BR09FTE 4-1625826-9 26
TL2BR10FTE 1-1625826-0 26
TL3AR001FTDG 2-1625827-0 26
TL3AR002FTDG 2-1625827-1 26
TL3AR003FTDG 2-1625827-2 26
TL3AR004FTDG 2-1625827-3 26
TL3AR005FTDG 4-1625827-0 26
TL3AR006FTDG 1625827-2 26
TL3AR015FTDG 4-1625827-1 26
TL3AR018FTDG 4-1625827-2 26
TL3AR01FTDG 4-1625827-3 26
TL3AR022FTDG 4-1625827-4 26
TL3AR025FTDG 1625827-7 26
TL3AR027FTDG 1-1625827-5 26
TL3AR02FTDG 5-1625827-1 26
TL3AR033FTDG 4-1625827-5 26
TL3AR039FTDG 1-1625827-6 26
TL3AR047FTDG 4-1625827-6 26
TL3AR051FTDG 4-1625827-7 26
TL3AR056FTDG 5-1625827-0 26
TL3AR068FTDG 4-1625827-8 26
TL3AR075FTDG 4-1625827-9 26
TL3AR082FTDG 1-1625827-3 26
TL3AR10FTDG 1-1625827-4 26
TL3AR12FTDG 1-1625827-9 26
TL3AR15FTDG 1-1625827-7 26
TL3AR22FTDG 2-1625827-4 26
TL3AR33FTDG 1-1625827-8 26
TL3AR47FTDG 2-1625827-5 26
TL3AR50FTDG 2-1625827-6 26
TW1100KA 1676979-1 241
TW1101KA 1676979-2 241
TW1102KA 1676979-3 241
TW1103KA 1676979-4 241
TW1250KA 1676979-5 241
TW1251KA 1676979-6 241
TW1252KA 1676979-7 241
TW1253KA 1676979-8 241
TW1500KA 1676979-9 241
TW1501KA 1-1676979-0 241
TW1502KA 1-1676979-1 241
UPW25B100KV 1624322-1 23
UPW25B100RV 1624322-2 23
UPW25B10KV 1624322-3 23
UPW25B10RV 1624322-4 23
UPW25B120RV 1-1624322-0 23
UPW25B142K8 1-1624322-2 23
UPW25B1K0V 1624322-5 23
UPW25B250RV 1624322-6 23
UPW25B350RV 1-1624322-1 23
UPW25B50RV 1624322-7 23
UPW25B5K0V 1624322-8 23
UPW30B100KV 5-1624322-1 23
UPW30B100RV 5-1624322-2 23
UPW30B10KV 5-1624322-3 23
UPW30B10RV 5-1624322-4 23
UPW30B120RV 5-1624322-5 23
UPW30B1K0V 5-1624322-6 23
UPW30B200RV 5-1624322-7 23
UPW30B20KV 5-1624322-8 23
UPW30B20RV 5-1624322-9 23
UPW30B250RV 6-1624322-0 23
UPW30B2K0V 6-1624322-1 23
UPW30B350RV 6-1624322-2 23
UPW30B40KV 6-1624322-3 23
UPW30B500RV 6-1624322-4 23
UPW30B50KV 6-1624322-5 23

UPW30B50RV 6-1624322-6 23
UPW30B5K0V 6-1624322-7 23
UPW50B100KV 1624323-1 23
UPW50B100RV 1624323-2 23
UPW50B10KV 1624323-3 23
UPW50B10RV 1624323-4 23
UPW50B120RV 1624323-5 23
UPW50B1K0V 1624323-6 23
UPW50B200RV 1624323-7 23
UPW50B20KV 1624323-8 23
UPW50B20RV 1624323-9 23
UPW50B250RV 1-1624323-0 23
UPW50B2K0V 1-1624323-1 23
UPW50B350RV 1-1624323-2 23
UPW50B40KV 1-1624323-3 23
UPW50B500RV 1-1624323-4 23
UPW50B50KV 1-1624323-5 23
UPW50B50RV 1-1624323-6 23
UPW50B5K0V 1-1624323-7 23
UPW50F10KV 1-1624323-8 23
UPW50F5K0V 1-1624323-9 23
YP1010KJ 1630184-1 70
YP1018KJ 1630184-3 70
YP1027KJ 1630184-5 70
YP102K0J 1630184-7 70
YP1047KJ 1630184-9 70
YR1B100KCC 1622796-1 21
YR1B100RCC 1622796-2 21
YR1B102KCC 1622796-3 21
YR1B102RCC 5-1676915-0 21
YR1B105KCC 5-1676915-1 21
YR1B105RCC 5-1676915-2 21
YR1B107KCC 1622796-4 21
YR1B107RCC 5-1676915-3 21
YR1B10K2CC 1622796-5 21
YR1B10K5CC 5-1676915-4 21
YR1B10K7CC 5-1676915-5 21
YR1B10KCC 1622796-6 21
YR1B10R2CC 1879026-1 21
YR1B10R5CC 1879026-2 21
YR1B10R7CC 1879026-3 21
YR1B10RCC 1879026-4 21
YR1B110KCC 5-1676915-6 21
YR1B110RCC 5-1676915-7 21
YR1B113KCC 4-1622796-7 21
YR1B113RCC 5-1676915-8 21
YR1B115KCC 1622796-7 21
YR1B115RCC 5-1676915-9 21
YR1B118KCC 6-1676915-0 21
YR1B118RCC 6-1676915-1 21
YR1B11K3CC 6-1676915-2 21
YR1B11K5CC 6-1676915-3 21
YR1B11K8CC 6-1676915-4 21
YR1B11KCC 6-1676915-5 21
YR1B11R3CC 1879026-5 21
YR1B11R5CC 1879026-6 21
YR1B11R8CC 1879026-7 21
YR1B11RCC 1879026-8 21
YR1B121KCC 4-1622796-3 21
YR1B121RCC 6-1676915-6 21
YR1B124KCC 6-1676915-7 21
YR1B124RCC 6-1676915-8 21
YR1B127KCC 6-1676915-9 21
YR1B127RCC 7-1676915-0 21
YR1B12K1CC 1622796-8 21
YR1B12K4CC 7-1676915-1 21
YR1B12K7CC 1622796-9 21
YR1B12R1CC 1879026-9 21
YR1B12R4CC 1-1879026-0 21
YR1B12R7CC 1-1879026-1 21
YR1B12RCC 9-1879026-1 21
YR1B130KCC 7-1676915-2 21
YR1B130RCC 7-1676915-3 21
YR1B133KCC 7-1676915-4 21
YR1B133RCC 7-1676915-5 21
YR1B137KCC 7-1676915-6 21
YR1B137RCC 7-1676915-7 21
YR1B13K3CC 4-1622796-8 21
YR1B13K7CC 7-1676915-8 21
YR1B13KCC 7-1676915-9 21
YR1B13R3CC 1-1879026-2 21
YR1B13R7CC 1-1879026-3 21
YR1B13RCC 1-1879026-4 21
YR1B140KCC 8-1676915-0 21
YR1B140RCC 8-1676915-1 21
YR1B143KCC 8-1676915-2 21
YR1B143RCC 1-1879026-5 21
YR1B147KCC 8-1676915-3 21
YR1B147RCC 5-1622796-7 21
YR1B14K3CC 5-1622796-8 21
YR1B14K7CC 5-1622796-9 21
YR1B14KCC 6-1622796-0 21

YR1B14R3CC 1-1879026-6 21
YR1B14R7CC 1-1879026-7 21
YR1B14RCC 1-1879026-8 21
YR1B150KCC 6-1622796-1 21
YR1B150RCC 6-1622796-2 21
YR1B154KCC 6-1622796-3 21
YR1B154RCC 6-1622796-4 21
YR1B158KCC 6-1622796-5 21
YR1B158RCC 6-1622796-6 21
YR1B15K4CC 6-1622796-7 21
YR1B15K8CC 6-1622796-8 21
YR1B15KCC 1-1622796-0 21
YR1B15R4CC 1-1879026-9 21
YR1B15R8CC 2-1879026-0 21
YR1B15RCC 2-1879026-1 21
YR1B162KCC 6-1622796-9 21
YR1B162RCC 7-1622796-0 21
YR1B165KCC 7-1622796-1 21
YR1B165RCC 7-1622796-2 21
YR1B169KCC 7-1622796-3 21
YR1B169RCC 7-1622796-4 21
YR1B16K2CC 1-1622796-1 21
YR1B16K5CC 7-1622796-5 21
YR1B16K9CC 7-1622796-6 21
YR1B16R2CC 2-1879026-2 21
YR1B16R5CC 2-1879026-3 21
YR1B16R9CC 2-1879026-4 21
YR1B174KCC 7-1622796-7 21
YR1B174RCC 7-1622796-8 21
YR1B178KCC 7-1622796-9 21
YR1B178RCC 8-1622796-0 21
YR1B17K4CC 8-1622796-1 21
YR1B17K8CC 8-1622796-2 21
YR1B17R4CC 2-1879026-5 21
YR1B17R8CC 2-1879026-6 21
YR1B182KCC 8-1622796-3 21
YR1B182RCC 8-1622796-4 21
YR1B187KCC 8-1622796-5 21
YR1B187RCC 8-1622796-6 21
YR1B18K2CC 8-1622796-7 21
YR1B18K7CC 8-1622796-8 21
YR1B18R2CC 2-1879026-7 21
YR1B18R7CC 2-1879026-8 21
YR1B191KCC 8-1622796-9 21
YR1B191RCC 9-1622796-0 21
YR1B196KCC 9-1622796-1 21
YR1B196RCC 9-1622796-2 21
YR1B19K1CC 9-1622796-3 21
YR1B19K6CC 1-1622796-2 21
YR1B19R1CC 2-1879026-9 21
YR1B19R6CC 3-1879026-0 21
YR1B1K02CC 1676913-1 21
YR1B1K05CC 1676913-2 21
YR1B1K07CC 1676913-3 21
YR1B1K0CC 2-1676913-6 21
YR1B1K13CC 1676913-4 21
YR1B1K15CC 1676913-5 21
YR1B1K18CC 1676913-6 21
YR1B1K1CC 1676913-7 21
YR1B1K21CC 1676913-8 21
YR1B1K24CC 1676913-9 21
YR1B1K27CC 1-1676913-0 21
YR1B1K33CC 4-1622796-9 21
YR1B1K37CC 1-1622796-3 21
YR1B1K3CC 1-1676913-1 21
YR1B1K43CC 1-1676913-2 21
YR1B1K47CC 1-1676913-3 21
YR1B1K4CC 1-1676913-4 21
YR1B1K54CC 1-1676913-5 21
YR1B1K58CC 1-1676913-6 21
YR1B1K5CC 1-1676913-7 21
YR1B1K62CC 1-1676913-8 21
YR1B1K65CC 1-1676913-9 21
YR1B1K69CC 2-1676913-0 21
YR1B1K74CC 2-1676913-1 21
YR1B1K78CC 2-1676913-2 21
YR1B1K82CC 1-1622796-4 21
YR1B1K87CC 2-1676913-3 21
YR1B1K91CC 2-1676913-4 21
YR1B1K96CC 2-1676913-5 21
YR1B1M0CC 2-1676913-7 21
YR1B200KCC 1-1622796-5 21
YR1B200RCC 1-1622796-6 21
YR1B205KCC 5-1622796-0 21
YR1B205RCC 2-1676913-8 21
YR1B20K5CC 2-1676913-9 21
YR1B20KCC 3-1676913-0 21
YR1B20R5CC 3-1879026-1 21
YR1B20RCC 3-1879026-2 21
YR1B210KCC 1-1622796-7 21
YR1B210RCC 3-1676913-1 21
YR1B215KCC 3-1676913-2 21

* Please contact your Sales Representative for parts not listed
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YR1B215RCC 3-1676913-3 21
YR1B21K5CC 3-1676913-4 21
YR1B21KCC 3-1676913-5 21
YR1B21R5CC 3-1879026-3 21
YR1B21RCC 3-1879026-4 21
YR1B221KCC 3-1676913-6 21
YR1B221RCC 3-1676913-7 21
YR1B226KCC 3-1676913-8 21
YR1B226RCC 3-1676913-9 21
YR1B22K1CC 4-1676913-0 21
YR1B22K6CC 4-1676913-1 21
YR1B22R1CC 3-1879026-5 21
YR1B22R6CC 3-1879026-6 21
YR1B232KCC 4-1676913-2 21
YR1B232RCC 4-1676913-3 21
YR1B237KCC 4-1676913-4 21
YR1B237RCC 4-1676913-5 21
YR1B23K2CC 4-1676913-6 21
YR1B23K7CC 4-1676913-7 21
YR1B23R2CC 3-1879026-7 21
YR1B23R7CC 3-1879026-8 21
YR1B243KCC 4-1676913-8 21
YR1B243RCC 4-1676913-9 21
YR1B249KCC 5-1622796-1 21
YR1B249RCC 5-1676913-0 21
YR1B24K3CC 1622795-1 21
YR1B24K9CC 5-1676913-1 21
YR1B24KCC 1-1622796-8 21
YR1B24R3CC 3-1879026-9 21
YR1B24R9CC 4-1879026-0 21
YR1B255KCC 5-1676913-2 21
YR1B255RCC 5-1676913-3 21
YR1B25K5CC 5-1676913-4 21
YR1B25R5CC 4-1879026-1 21
YR1B261KCC 4-1879026-2 21
YR1B261RCC 5-1676913-5 21
YR1B267KCC 5-1676913-6 21
YR1B267RCC 5-1676913-7 21
YR1B26K1CC 5-1676913-8 21
YR1B26K7CC 5-1676913-9 21
YR1B26R1CC 4-1879026-3 21
YR1B26R7CC 4-1879026-4 21
YR1B274KCC 4-1879026-5 21
YR1B274RCC 6-1676913-0 21
YR1B27K4CC 1-1622796-9 21
YR1B27R4CC 4-1879026-6 21
YR1B280KCC 4-1879026-7 21
YR1B280RCC 6-1676913-1 21
YR1B287KCC 4-1879026-8 21
YR1B287RCC 6-1676913-2 21
YR1B28K7CC 6-1676913-3 21
YR1B28KCC 6-1676913-4 21
YR1B28R7CC 4-1879026-9 21
YR1B28RCC 5-1879026-0 21
YR1B294KCC 5-1879026-1 21
YR1B294RCC 6-1676913-5 21
YR1B29K4CC 6-1676913-6 21
YR1B29R4CC 5-1879026-2 21
YR1B2K05CC 6-1676913-7 21
YR1B2K0CC 7-1676913-9 21
YR1B2K15CC 6-1676913-8 21
YR1B2K1CC 6-1676913-9 21
YR1B2K21CC 7-1676913-0 21
YR1B2K26CC 7-1676913-1 21
YR1B2K32CC 7-1676913-2 21
YR1B2K37CC 2-1622796-0 21
YR1B2K43CC 2-1622796-1 21
YR1B2K49CC 7-1676913-3 21
YR1B2K55CC 7-1676913-4 21
YR1B2K61CC 1622795-2 21
YR1B2K67CC 7-1676913-5 21
YR1B2K74CC 5-1622796-2 21
YR1B2K87CC 7-1676913-6 21
YR1B2K8CC 7-1676913-7 21
YR1B2K94CC 7-1676913-8 21
YR1B301KCC 8-1676913-0 21
YR1B301RCC 8-1676913-1 21
YR1B309KCC 5-1879026-3 21
YR1B309RCC 8-1676913-2 21
YR1B30K1CC 2-1622796-2 21
YR1B30K9CC 8-1676913-3 21
YR1B30R1CC 5-1879026-4 21
YR1B30R9CC 5-1879026-5 21
YR1B316KCC 5-1879026-6 21
YR1B316RCC 8-1676913-4 21
YR1B31K6CC 8-1676913-5 21
YR1B31R6CC 5-1879026-7 21
YR1B324KCC 5-1879026-8 21
YR1B324RCC 8-1676913-6 21
YR1B32K4CC 8-1676913-7 21
YR1B32R4CC 5-1879026-9 21
YR1B332KCC 8-1676913-8 21

YR1B332RCC 2-1622796-3 21
YR1B33K2CC 8-1676913-9 21
YR1B33R2CC 6-1879026-0 21
YR1B340KCC 6-1879026-1 21
YR1B340RCC 9-1676913-0 21
YR1B348KCC 6-1879026-2 21
YR1B348RCC 5-1622796-3 21
YR1B34K8CC 1676914-1 21
YR1B34KCC 1676914-2 21
YR1B34R8CC 6-1879026-3 21
YR1B34RCC 6-1879026-4 21
YR1B357KCC 1676914-3 21
YR1B357RCC 1676914-4 21
YR1B35K7CC 1676914-5 21
YR1B35R7CC 6-1879026-5 21
YR1B365KCC 6-1879026-6 21
YR1B365RCC 2-1622796-4 21
YR1B36K5CC 1676914-6 21
YR1B36R5CC 6-1879026-7 21
YR1B374KCC 6-1879026-8 21
YR1B374RCC 1676914-7 21
YR1B37K4CC 1676914-8 21
YR1B37R4CC 6-1879026-9 21
YR1B383KCC 7-1879026-0 21
YR1B383RCC 1676914-9 21
YR1B38K3CC 1-1676914-0 21
YR1B38R3CC 7-1879026-1 21
YR1B392KCC 1-1676914-1 21
YR1B392RCC 1-1676914-2 21
YR1B39K2CC 1-1676914-3 21
YR1B39R2CC 7-1879026-2 21
YR1B3K01CC 1622795-3 21
YR1B3K09CC 1-1676914-4 21
YR1B3K0CC 2-1622796-5 21
YR1B3K16CC 1-1676914-5 21
YR1B3K24CC 1-1676914-6 21
YR1B3K32CC 5-1622796-6 21
YR1B3K48CC 1-1676914-7 21
YR1B3K4CC 1-1676914-8 21
YR1B3K57CC 1-1676914-9 21
YR1B3K65CC 2-1676914-0 21
YR1B3K74CC 2-1676914-1 21
YR1B3K83CC 2-1676914-2 21
YR1B3K92CC 2-1676914-3 21
YR1B402KCC 7-1879026-3 21
YR1B402RCC 2-1676914-4 21
YR1B40K2CC 2-1676914-5 21
YR1B40R2CC 7-1879026-4 21
YR1B412KCC 7-1879026-5 21
YR1B412RCC 2-1676914-6 21
YR1B41K2CC 2-1676914-7 21
YR1B41R2CC 7-1879026-6 21
YR1B422KCC 7-1879026-7 21
YR1B422RCC 2-1676914-8 21
YR1B42K2CC 2-1622796-6 21
YR1B42R2CC 7-1879026-8 21
YR1B432KCC 2-1676914-9 21
YR1B432RCC 3-1676914-0 21
YR1B43K2CC 2-1622796-7 21
YR1B43R2CC 7-1879026-9 21
YR1B442KCC 8-1879026-0 21
YR1B442RCC 3-1676914-1 21
YR1B44K2CC 3-1676914-2 21
YR1B44R2CC 8-1879026-1 21
YR1B453KCC 8-1879026-2 21
YR1B453RCC 3-1676914-3 21
YR1B45K3CC 3-1676914-4 21
YR1B45R3CC 8-1879026-3 21
YR1B464KCC 8-1879026-4 21
YR1B464RCC 3-1676914-5 21
YR1B46K4CC 1622795-4 21
YR1B46R4CC 8-1879026-5 21
YR1B475KCC 3-1676914-6 21
YR1B475RCC 2-1622796-8 21
YR1B47K5CC 3-1676914-7 21
YR1B47R5CC 8-1879026-6 21
YR1B487KCC 8-1879026-7 21
YR1B487RCC 3-1676914-8 21
YR1B48K7CC 3-1676914-9 21
YR1B48R7CC 8-1879026-8 21
YR1B499KCC 8-1879026-9 21
YR1B499RCC 4-1676914-0 21
YR1B49K9CC 4-1676914-1 21
YR1B49R9CC 9-1879026-0 21
YR1B4K02CC 1622795-5 21
YR1B4K12CC 4-1676914-2 21
YR1B4K22CC 4-1676914-3 21
YR1B4K32CC 4-1676914-4 21
YR1B4K42CC 4-1676914-5 21
YR1B4K53CC 4-1676914-6 21
YR1B4K64CC 2-1622796-9 21
YR1B4K75CC 3-1622796-0 21

YR1B4K87CC 4-1676914-7 21
YR1B4K99CC 4-1676914-8 21
YR1B511KCC 4-1676914-9 21
YR1B511RCC 5-1676914-0 21
YR1B51K1CC 5-1676914-1 21
YR1B51K5CC 3-1622796-1 21
YR1B51R1CC 5-1676914-2 21
YR1B523KCC 1879027-1 21
YR1B523RCC 5-1676914-3 21
YR1B52K3CC 5-1676914-4 21
YR1B52R3CC 1879027-2 21
YR1B536KCC 1879027-3 21
YR1B536RCC 5-1676914-5 21
YR1B53K6CC 5-1676914-6 21
YR1B53R6CC 5-1676914-7 21
YR1B549KCC 1879027-4 21
YR1B549RCC 5-1676914-8 21
YR1B54K9CC 5-1676914-9 21
YR1B54R9CC 1879027-5 21
YR1B562KCC 6-1676914-0 21
YR1B562RCC 6-1676914-1 21
YR1B56K2CC 6-1676914-2 21
YR1B56R2CC 6-1676914-3 21
YR1B576KCC 1879027-6 21
YR1B576RCC 6-1676914-4 21
YR1B57K6CC 6-1676914-5 21
YR1B57R6CC 1879027-7 21
YR1B590KCC 1879027-8 21
YR1B590RCC 6-1676914-6 21
YR1B59KCC 6-1676914-7 21
YR1B59RCC 6-1676914-8 21
YR1B5K11CC 3-1622796-2 21
YR1B5K23CC 6-1676914-9 21
YR1B5K36CC 5-1622796-5 21
YR1B5K49CC 3-1622796-3 21
YR1B5K62CC 3-1622796-4 21
YR1B5K76CC 7-1676914-0 21
YR1B5K9CC 7-1676914-1 21
YR1B604KCC 1879027-9 21
YR1B604RCC 7-1676914-2 21
YR1B60K4CC 7-1676914-3 21
YR1B60R4CC 1-1879027-0 21
YR1B619KCC 7-1676914-4 21
YR1B619RCC 7-1676914-5 21
YR1B61K9CC 3-1622796-5 21
YR1B61R9CC 7-1676914-6 21
YR1B634KCC 1-1879027-1 21
YR1B634RCC 7-1676914-7 21
YR1B63K4CC 7-1676914-8 21
YR1B63R4CC 1-1879027-2 21
YR1B649KCC 1-1879027-3 21
YR1B649RCC 7-1676914-9 21
YR1B64K9CC 8-1676914-0 21
YR1B64R9CC 8-1676914-1 21
YR1B665KCC 1-1879027-4 21
YR1B665RCC 8-1676914-2 21
YR1B66K5CC 8-1676914-3 21
YR1B66R5CC 9-1676914-0 21
YR1B681KCC 8-1676914-4 21
YR1B681RCC 8-1676914-5 21
YR1B68K1CC 3-1622796-6 21
YR1B68R1CC 8-1676914-6 21
YR1B698KCC 1-1879027-5 21
YR1B698RCC 8-1676914-7 21
YR1B69K8CC 8-1676914-8 21
YR1B69R8CC 1-1879027-6 21
YR1B6K04CC 8-1676914-9 21
YR1B6K19CC 3-1622796-7 21
YR1B6K34CC 1676915-1 21
YR1B6K49CC 1676915-2 21
YR1B6K65CC 1676915-3 21
YR1B6K81CC 1676915-4 21
YR1B6K98CC 1676915-5 21
YR1B715KCC 1-1879027-7 21
YR1B715RCC 1676915-6 21
YR1B71K5CC 4-1622796-4 21
YR1B71R5CC 1676915-7 21
YR1B732KCC 1-1879027-8 21
YR1B732RCC 1676915-8 21
YR1B73K2CC 4-1622796-5 21
YR1B73R2CC 1-1879027-9 21
YR1B750KCC 1676915-9 21
YR1B750RCC 1-1676915-0 21
YR1B75KCC 1-1676915-1 21
YR1B75RCC 1-1676915-2 21
YR1B768KCC 2-1879027-0 21
YR1B768RCC 1-1676915-3 21
YR1B76K8CC 1-1676915-4 21
YR1B76R8CC 2-1879027-1 21
YR1B787KCC 2-1879027-2 21
YR1B787RCC 1-1676915-5 21
YR1B78K7CC 1-1676915-6 21

YR1B78R7CC 1-1676915-7 21
YR1B7K15CC 1-1676915-8 21
YR1B7K32CC 1-1676915-9 21
YR1B7K5CC 5-1622796-4 21
YR1B7K68CC 2-1676915-0 21
YR1B7K87CC 2-1676915-1 21
YR1B806KCC 2-1879027-3 21
YR1B806RCC 2-1676915-2 21
YR1B80K6CC 3-1622796-8 21
YR1B80R6CC 2-1879027-4 21
YR1B825KCC 2-1676915-3 21
YR1B825RCC 3-1622796-9 21
YR1B82K5CC 4-1622796-6 21
YR1B82R5CC 2-1676915-4 21
YR1B845KCC 2-1879027-5 21
YR1B845RCC 2-1676915-5 21
YR1B84K5CC 2-1676915-6 21
YR1B84R5CC 2-1879027-6 21
YR1B866KCC 2-1879027-7 21
YR1B866RCC 2-1676915-7 21
YR1B86K6CC 2-1676915-8 21
YR1B86R6CC 2-1676915-9 21
YR1B887KCC 2-1879027-8 21
YR1B887RCC 3-1676915-0 21
YR1B88K7CC 3-1676915-1 21
YR1B88R7CC 2-1879027-9 21
YR1B8K06CC 3-1676915-2 21
YR1B8K25CC 3-1676915-3 21
YR1B8K45CC 3-1676915-4 21
YR1B8K66CC 3-1676915-5 21
YR1B8K87CC 3-1676915-6 21
YR1B909KCC 3-1676915-7 21
YR1B909RCC 3-1676915-8 21
YR1B90K9CC 3-1676915-9 21
YR1B90R9CC 4-1676915-0 21
YR1B931KCC 3-1879027-0 21
YR1B931RCC 4-1676915-1 21
YR1B93K1CC 4-1622796-0 21
YR1B93R1CC 3-1879027-1 21
YR1B953KCC 3-1879027-2 21
YR1B953RCC 4-1676915-2 21
YR1B95K3CC 4-1622796-1 21
YR1B95R3CC 4-1676915-3 21
YR1B976KCC 3-1879027-3 21
YR1B976RCC 4-1676915-4 21
YR1B97K6CC 4-1622796-2 21
YR1B97R6CC 3-1879027-4 21
YR1B9K09CC 4-1676915-5 21
YR1B9K31CC 4-1676915-6 21
YR1B9K53CC 4-1676915-7 21
YR1B9K76CC 4-1676915-8 21
ZR0204 1622793-1 148
ZR0204/RL 1622793-2 148
ZR0207 1623934-1 148
ZR0207/RL 1623934-2 148
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1613003-1 H210MBZBR 20
1613003-2 H210MFCAR 20
1613003-3 H210MFZBR 20
1613079-1 H24M53BZBR 20
1613092-1 H25M0FDBR 20
1613093-1 H25M1FZBR 20
1613094-1 H25M36BZBR 20
1613095-1 H25M6FZBR 20
1613095-2 H25M94BZBR 20
1613117-1 H28M2FZBR 20
1613125-1 H29M4FZAR 20
1613127-1 H4100KBCBR 17
1613127-2 H4100KBDBR 17
1613127-3 H4100KBYBR 17
1613127-5 H4100KDCBR 17
1613127-6 H4100KDZBR 17
1613127-7 H4100KFAAR 17
1613127-8 H4100KFCBR 17
1613127-9 H4100KFDBR 17
1613128-1 H4100RBAAR 17
1613128-2 H4100RBBAR 17
1613128-3 H4100RBCBR 17
1613128-4 H4100RBDBR 17
1613128-5 H4100RBYBR 17
1613128-6 H4100RBZBR 17
1613128-7 H4100RDCBR 17
1613128-8 H4100RDYBR 17
1613128-9 H4100RDZBR 17
1613129-1 H4103R89BZBR 17
1613130-1 H4105KFYBR 17
1613131-1 H4105RBCBR 17
1613132-1 H4107R78BZBR 17
1613132-2 H4107RFYBR 17
1613133-1 H410K2BZBR 17
1613134-1 H410KBAAR 17
1613134-2 H410KBCBR 17
1613134-3 H410KBDBR 17
1613134-4 H410KBYBR 17
1613134-5 H410KDAAR 17
1613134-6 H410KDCBR 17
1613134-7 H410KDDBR 17
1613134-8 H410KDYBR 17
1613135-1 H410RBCAR 17
1613135-2 H410RBDAR 17
1613135-3 H410RCCAR 17
1613135-4 H410RDCAR 17
1613135-5 H410RDZBR 17
1613135-6 H410RFCAR 17
1613135-8 H410RFDAR 17
1613135-9 H410RFYAR 17
1613136-1 H4110KBCBR 17
1613136-2 H4110KBYBR 17
1613136-3 H4110KBZBR 17
1613136-4 H4110KFCBR 17
1613136-5 H4110KFDBR 17
1613137-1 H4110RDCBR 17
1613137-2 H4110RDZBR 17
1613138-1 H4111R66BZBR 17
1613138-2 H4113RFYBR 17
1613139-1 H4115R54BZBR 17
1613140-1 H4118RFCBR 17
1613141-1 H4119R4BZBR 17
1613142-1 H411K5DCBR 17
1613142-2 H411K8FYBR 17
1613143-1 H411KBDBR 17
1613144-1 H4120KDCBR 17
1613144-2 H4120KDZBR 17
1613144-3 H4120KFDBR 17
1613145-1 H4120RDZBR 17
1613145-2 H4120RFCBR 17
1613145-3 H4120RBDBR 17
1613146-1 H4121KFCBR 17
1613146-2 H4121KFDBR 17
1613147-1 H4121RBCBR 17
1613147-2 H4121RDCBR 17
1613147-3 H4121RFCBR 17
1613147-5 H4121RFYBR 17
1613147-6 H4121RBYBR 17
1613148-1 H4123R24BZBR 17
1613149-1 H4124RFCBR 17
1613150-1 H412K1FCBR 17
1613151-1 BDS2C1001K0K 74
1613152-1 H412K4BZBR 17
1613153-1 H412KBCBR 17
1613153-2 H412KDZBR 17
1613153-3 H412KFCBR 17
1613153-4 H412KFYBR 17
1613153-5 H412KFDBR 17
1613154-1 H412R5BCAR 17
1613155-1 H4130KBYBR 17
1613155-2 H4130KFDBR 17
1613156-1 H4130R89BZBR 17

1613157-1 H4130RBDBR 17
1613157-2 H4130RFCBR 17
1613158-1 H4133KFDBR 17
1613159-1 H4136KFYBR 17
1613160-1 H4138R5ABAR 17
1613160-2 H4138R5BZBR 17
1613161-1 H413K3BZBR 17
1613161-2 H413KBZBR 17
1613161-3 H413K3FDBR 17
1613162-1 H413K7FCBR 17
1613162-2 H413K7FDBR 17
1613163-1 H413KBCBR 17
1613163-2 H413KFCBR 17
1613163-3 H413KFDBR 17
1613163-4 H413KDZBR 17
1613164-1 H4140KBZBR 17
1613164-2 H4140KFCBR 17
1613165-1 H4140RFYBR 17
1613166-1 H4150KBAAR 17
1613166-2 H4150KBDBR 17
1613166-3 H4150KBYBR 17
1613166-4 H4150KFCBR 17
1613166-5 H4150KFDBR 17
1613166-6 H4150KDZBR 17
1613167-1 H4150RBYBR 17
1613167-2 H4150RCDBR 17
1613167-3 H4150RDCBR 17
1613167-4 H4150RDZBR 17
1613167-5 H4150RFCBR 17
1613168-1 H4157R31BZBR 17
1613169-1 H415K4FCBR 17
1613170-1 H415K8BZBR 17
1613171-1 H415KBCBR 17
1613171-2 H415KBYBR 17
1613171-3 H415KDCBR 17
1613171-4 H415KDYBR 17
1613171-5 H415KDZBR 17
1613171-6 H415KFCBR 17
1613171-7 H415KFDBR 17
1613172-1 H415RDZAR 17
1613172-2 H415RFYAR 17
1613173-1 H4162RBZBR 17
1613173-2 H4162RFCBR 17
1613173-3 H4162RFYBR 17
1613173-4 H4160RBZBR 17
1613174-1 H4165RFCBR 17
1613174-2 H4165RCDBR 17
1613175-1 H4169KBZBR 17
1613176-1 H416K2BZBR 17
1613177-1 H416K5BCBR 17
1613178-1 H416KFCBR 17
1613178-2 H416KDCBR 17
1613178-3 H416KFDBR 17
1613178-4 H416KBZBR 17
1613179-1 H4175R84BZBR 17
1613180-1 H4175RFCBR 17
1613181-1 H417K8BZBR 17
1613182-1 H4180KBCBR 17
1613182-2 H4180KBYBR 17
1613183-1 H4180RDZBR 17
1613183-2 H4180RFYBR 17
1613184-1 H4182KBZBR 17
1613185-1 H4182RBCBR 17
1613185-2 H4182RFYBR 17
1613186-1 H4187KBZBR 17
1613186-2 H4187KFDBR 17
1613187-1 H418K2BCBR 17
1613187-2 H418K12FCBR 17
1613187-3 H418K7FDBR 17
1613188-1 H418KBYBR 17
1613188-2 H418KDCBR 17
1613188-3 H418KDZBR 17
1613188-4 H418KFCBR 17
1613188-5 H418KFDBR 17
1613188-6 H418KFYBR 17
1613188-7 H418KBZBR 17
1613189-1 H418R48BZBR 17
1613190-1 H418R7BCAR 17
1613191-1 H418RDCAR 17
1613192-1 H4190KBCBR 17
1613192-2 H4191KFDBR 17
1613193-1 H4194R07BZBR 17
1613194-1 H419K6BCBR 17
1613194-2 H419K6FCBR 17
1613195-1 H419R1FYAR 17
1613196-1 H41K02FCBR 17
1613196-2 H41K02FDBR 17
1613197-1 H41K05FYBR 17
1613198-1 H41K0BCBR 17
1613198-2 H41K0BDBR 17
1613198-3 H41K0BYBR 17
1613198-4 H41K0BZBR 17

1613198-5 H41K0DCBR 17
1613198-6 H41K0DYBR 17
1613198-7 H41K0DZBR 17
1613198-8 H41K0FCBR 17
1613198-9 H41K0FDBR 17
1613199-1 H41K1DCBR 17
1613199-2 H41K1FCBR 17
1613200-1 H41K21DCBR 17
1613200-2 H41K21FCBR 17
1613200-4 H41K21BYBR 17
1613201-1 H41K2DCBR 17
1613201-2 H41K2DDBR 17
1613201-3 H41K2FCBR 17
1613201-4 H41K2FDBR 17
1613201-5 H41K2DZBR 17
1613202-1 H41K3BAAR 17
1613202-2 H41K3BZBR 17
1613202-3 H41K3FYBR 17
1613202-4 H41K3DZBR 17
1613202-5 H41K3FCBR 17
1613203-1 H41K4FCBR 17
1613204-1 H41K54FYBR 17
1613204-2 H41K54BYBR 17
1613205-1 H41K58BZBR 17
1613206-1 H41K5BCBR 17
1613206-2 H41K5BDBR 17
1613206-3 H41K5DCBR 17
1613206-4 H41K5DZBR 17
1613206-5 H41K5FCBR 17
1613206-6 H41K5FDBR 17
1613207-1 H41K62BZBR 17
1613207-2 H41K6BZBR 17
1613208-1 H41K74FCBR 17
1613209-1 H41K82FYBR 17
1613210-1 H41K8DZBR 17
1613210-2 H41K8FCBR 17
1613210-4 H41K8FDBR 17
1613211-1 H41K91FYBR 17
1613212-1 H41K96FDBR 17
1613213-1 H41M02DCAR 17
1613214-1 H41M0BCBR 17
1613214-2 H41M0BDBR 17
1613214-3 H41M0BYBR 17
1613214-4 H41M0DCBR 17
1613214-5 H41M0DDBR 17
1613214-6 H41M0DYBR 17
1613214-7 H41M0DZBR 17
1613214-8 H41M0FCBR 17
1613215-1 H41M216BCAR 17
1613217-1 H41M5DCAR 17
1613217-2 H41M5FCAR 17
1613218-1 H41M875BCAR 17
1613219-1 H4200KBCBR 17
1613219-2 H4200KBYBR 17
1613219-3 H4200KBZBR 17
1613219-4 H4200KDCBR 17
1613219-5 H4200KDZBR 17
1613219-6 H4200KFYBR 17
1613219-7 H4200KFDBR 17
1613220-1 H4200RADBR 17
1613220-2 H4200RBYBR 17
1613220-3 H4200RDCBR 17
1613220-4 H4200RFCBR 17
1613220-5 H4200RFDBR 17
1613220-6 H4200RDZBR 17
1613220-7 H4200RBZBR 17
1613221-1 H420K5BZBR 17
1613221-3 H420K5FDBR 17
1613222-1 H420KBCBR 17
1613222-2 H420KBDBR 17
1613222-3 H420KBYBR 17
1613222-4 H420KDCBR 17
1613222-5 H420KDYBR 17
1613222-6 H420KDZBR 17
1613222-7 H420KFCBR 17
1613222-8 H420KFDBR 17
1613222-9 H420KFYBR 17
1613223-1 H420RBDAR 17
1613223-2 H420RFYAR 17
1613224-1 H4210KBZBR 17
1613224-2 H4210KFYBR 17
1613225-1 H4212R02BZBR 17
1613225-5 H421K5FDBR 17
1613226-1 H4220KBYBR 17
1613226-2 H4220KDZBR 17
1613226-3 H4220KFCBR 17
1613226-4 H4220KFDBR 17
1613227-1 H4220RBDBR 17
1613227-2 H4220RDZBR 17
1613227-3 H4220RFCBR 17
1613228-1 H4221KBZBR 17
1613228-2 H4221KFCBR 17

1613229-1 H4221RBCBR 17
1613229-2 H4221RDCBR 17
1613229-3 H4221RDYBR 17
1613229-4 H4221RFCBR 17
1613229-5 H4221RFYBR 17
1613230-1 H4226KBZBR 17
1613231-1 H422K1BCBR 17
1613232-1 H422K3BZBR 17
1613233-1 H422KBCBR 17
1613233-2 H422KDCBR 17
1613233-3 H422KDDBR 17
1613233-4 H422KFCBR 17
1613233-6 H422KDZBR 17
1613233-7 H422KBZBR 17
1613234-1 H422R1FCAR 17
1613234-2 H422R1FYAR 17
1613235-1 H422RDCAR 17
1613235-2 H422RFCAR 17
1613236-1 H4232KBZBR 17
1613237-1 H4237KBZBR 17
1613237-2 H4237KFDBR 17
1613238-1 H423K2FCBR 17
1613239-1 H4240KBAAR 17
1613239-2 H4240KDZBR 17
1613239-3 H4240KFCBR 17
1613240-1 H4240RDZBR 17
1613240-2 H4240RFCBR 17
1613241-1 H4243KBZBR 17
1613241-2 H4243RFYBR 17
1613242-1 H4244R5ADBR 17
1613243-1 H4247R04BZBR 17
1613244-1 H4249KBZBR 17
1613244-2 H4249KFAAR 17
1613245-1 H4249RBYBR 17
1613245-2 H4249RBZBR 17
1613246-1 H424K9FCBR 17
1613246-2 H424K9FYBR 17
1613247-1 H424KBCBR 17
1613247-2 H424KDZBR 17
1613247-3 H424KFCBR 17
1613247-4 H424KFDBR 17
1613248-1 H424RDCAR 17
1613248-2 H424RDZBR 17
1613249-1 H4250RAYAR 17
1613249-2 H4250RBBAR 17
1613249-3 H4250RBCBR 17
1613249-4 H4250RBDBR 17
1613249-5 H4250RBYBR 17
1613250-1 H4255RBZBR 17
1613251-1 H425KBCBR 17
1613252-1 H425RBCAR 17
1613253-1 H4261RBYBR 17
1613253-2 H4261RFYBR 17
1613253-3 H4261RBDBR 17
1613253-4 H426R1FCAR 17
1613254-1 H426R7FYAR 17
1613255-1 H4270KDZBR 17
1613256-1 H4270RADAR 17
1613256-2 H4270RDCBR 17
1613256-3 H4270RFCBR 17
1613256-4 H4270RFDBR 17
1613256-5 H4270RDZBR 17
1613256-6 H4270RBZBR 17
1613257-1 H4275RFCBR 17
1613258-1 H427K4BZBR 17
1613258-2 H427K4FDBR 17
1613259-1 H427KDCBR 17
1613259-2 H427KDZBR 17
1613259-3 H427KFCBR 17
1613259-4 H427KBZBR 17
1613260-1 H4280R9BZBR 17
1613261-1 H4280RFYBR 17
1613261-2 H4280RFCBR 17
1613262-1 H42K0BCBR 17
1613262-3 H42K0BZBR 17
1613262-4 H42K0DCBR 17
1613262-5 H42K0DZBR 17
1613262-6 H42K0FCBR 17
1613262-7 H42K0FDBR 17
1613262-8 H42K0FYBR 17
1613264-1 H42K1BYBR 17
1613265-1 H42K21BCBR 17
1613265-2 H42K21DCBR 17
1613265-3 H42K21FCBR 17
1613265-4 H42K21FYBR 17
1613265-5 H42K21BYBR 17
1613266-1 H42K2CCBR 17
1613266-2 H42K2DAAR 17
1613266-3 H42K2DZBR 17
1613266-4 H42K2FCBR 17
1613266-5 H42K2FDBR 17
1613267-1 H42K32FYBR 17
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1613267-2 H42K37FDBR 17
1613268-1 H42K4BCBR 17
1613268-2 H42K4BDBR 17
1613268-3 H42K4DZBR 17
1613268-4 H42K4FCBR 17
1613269-1 H42K55BZBR 17
1613269-2 H42K55FCBR 17
1613270-1 H42K61FCBR 17
1613270-2 H42K61FYBR 17
1613271-1 H42K74BDBR 17
1613272-1 H42K7DCBR 17
1613272-2 H42K7DZBR 17
1613272-3 H42K7FCBR 17
1613272-4 H42K7BZBR 17
1613273-1 H42K87FYBR 17
1613273-2 H42K85FCBR 17
1613274-1 H42M0FCAR 17
1613275-1 H4300KFCBR 17
1613276-1 H4300RBYBR 17
1613276-2 H4300RDCBR 17
1613276-3 H4300RDZBR 17
1613276-4 H4300RFCBR 17
1613277-1 H4301KFCBR 17
1613278-2 H4301RFYBR 17
1613279-1 H430K1FYBR 17
1613280-1 H430KBDBR 17
1613280-2 H430KDZBR 17
1613280-3 H430KFCBR 17
1613280-4 H430KFDBR 17
1613281-1 H430R1DCAR 17
1613282-1 H430RDZBR 17
1613282-2 H430RFCAR 17
1613283-1 H4313R59BZBR 17
1613284-1 H431K6BZBR 17
1613285-1 H4330KFYBR 17
1613285-2 H4330KDZBR 17
1613286-1 H4330RBAAR 17
1613286-2 H4330RDYBR 17
1613286-3 H4330RFCBR 17
1613286-4 H4330RDZBR 17
1613286-5 H4330RBZBR 17
1613287-1 H4332RDCBR 17
1613287-2 H4332RFCBR 17
1613288-1 H433K2BDBR 17
1613288-2 H433K2FCBR 17
1613288-3 H433K2BZBR 17
1613289-1 H433KBCBR 17
1613289-2 H433KBYBR 17
1613289-3 H433KDCDR 17
1613289-4 H433KDZBR 17
1613289-5 H433KFCBR 17
1613289-6 H433KFDBR 17
1613289-7 H433KBZBR 17
1613290-1 H433R2DCAR 17
1613290-2 H433R2FYBR 17
1613291-1 H433RBYBR 17
1613291-2 H433RDCAR 17
1613291-3 H433RDZBR 17
1613291-4 H433RFCAR 17
1613291-5 H433RFDAR 17
1613292-1 H4345R13BZBR 17
1613293-1 H4348RFYBR 17
1613294-1 H434K8FYBR 17
1613295-1 H4360RDZBR 17
1613297-1 H436KDZBR 17
1613298-1 H4375R51BZBR 17
1613299-1 H437R5BCAR 17
1613299-2 H4390KDCBR 17
1613300-1 H4390RBZBR 17
1613300-2 H4390RDZBR 17
1613301-1 H4392KBCBR 17
1613302-1 H4392RBCBR 17
1613302-2 H4392RDCBR 17
1613302-3 H4392RFCBR 17
1613303-1 H439K2BZBR 17
1613303-2 H439K2DCBR 17
1613304-1 H439KBAAR 17
1613304-2 H439KDZBR 17
1613304-3 H439KBZBR 17
1613305-1 H43K01BYBR 17
1613305-2 H43K01FCBR 17
1613305-3 H43K01FDBR 17
1613305-4 H43K01FYBR 17
1613306-1 H43K09FYBR 17
1613307-1 H43K0BCBR 17
1613307-2 H43K0BDBR 17
1613307-3 H43K0FCBR 17
1613307-4 H43K0DZBR 17
1613308-1 H43K16BZBR 17
1613309-1 H43K32DCBR 17
1613309-2 H43K32FCBR 17
1613309-3 H43K32FDBR 17

1613309-4 H43K32FYBR 17
1613310-1 H43K3BYBR 17
1613310-2 H43K3DZBR 17
1613310-3 H43K3FCBR 17
1613310-4 H43K3FDBR 17
1613310-5 H43K4FYBR 17
1613310-6 H43K4BYBR 17
1613310-7 H43K3BZBR 17
1613310-9 H43K48FDBR 17
1613311-1 H43K57FYBR 17
1613311-2 H43K57FDBR 17
1613312-1 H43K6BCBR 17
1613312-2 H43K6BDBR 17
1613312-3 H43K6DZBR 17
1613313-1 H43K83FYBR 17
1613313-2 H43K83BYBR 17
1613314-1 H43K92FDBR 17
1613315-1 H43K9BCBR 17
1613315-2 H43K9BYBR 17
1613315-3 H43K9DZBR 17
1613315-4 H43K9FCBR 17
1613316-1 H43M0DCAR 17
1613317-1 H43M3DCAR 17
1613319-1 H4400RBYBR 17
1613320-1 H4402KAYAR 17
1613320-2 H4402KBYAR 17
1613321-1 H4402RFCBR 17
1613322-1 H440KBCBR 17
1613322-2 H440KFDBR 17
1613322-3 H440K2FDBR 17
1613323-1 H440R2FYAR 17
1613324-1 H4412RBZBR 17
1613325-1 H4430RDZBR 17
1613325-2 H4430RFCBR 17
1613325-3 H4430RBZBR 17
1613326-1 H443KBCBR 17
1613326-2 H443KBYBR 17
1613326-3 H443KFCBR 17
1613326-4 H443KDZBR 17
1613327-1 H4442KBCBR 17
1613327-2 H4447KBYBR 17
1613328-1 H4450KBDBR 17
1613328-2 H445K3FYBR 17
1613329-1 H446R4FYBR 17
1613330-1 H4470KDCBR 17
1613330-2 H4470KDZBR 17
1613330-3 H4470KFCBR 17
1613330-4 H4470KFYBR 17
1613331-1 H4470RDCBR 17
1613331-2 H4470RDZBR 17
1613331-3 H4470RFCBR 17
1613331-5 H4470RFYBR 17
1613332-1 H4475KBCBR 17
1613333-1 H4475RDCBR 17
1613333-2 H4475RFCBR 17
1613334-1 H447KBCBR 17
1613334-2 H447KBYBR 17
1613334-3 H447KDCBR 17
1613334-4 H447KDYBR 17
1613334-5 H447KDZBR 17
1613334-6 H447KFCBR 17
1613335-1 H447R5BCBR 17
1613335-2 H447R5DCAR 17
1613335-3 H447R5FCAR 17
1613336-1 H447RBYAR 17
1613336-2 H447RDZBR 17
1613337-1 H4499KFCBR 17
1613338-1 H4499RDAAR 17
1613338-2 H4499RDYBR 17
1613339-1 H449K9BZBR 17
1613339-2 H449K9FCBR 17
1613340-1 H449R9FCBR 17
1613341-1 H44K02BYBR 17
1613341-2 H44K02FCBR 17
1613342-1 H44K12FYBR 17
1613342-2 H44K12BZBR 17
1613342-3 H44K12BCBR 17
1613342-4 H44K12BYBR 17
1613343-1 H44K3BCBR 17
1613343-2 H44K3DZBR 17
1613343-3 H44K3BZBR 17
1613344-1 H44K42FYBR 17
1613345-1 H44K43BZBR 17
1613346-1 H44K53FDBR 17
1613347-1 H44K64BYBR 17
1613347-2 H44K64FYBR 17
1613347-3 H44K64FDBR 17
1613348-1 H44K75BCBR 17
1613348-2 H44K75DCBR 17
1613348-3 H44K75FCBR 17
1613349-1 H44K7BDBR 17
1613349-2 H44K7BYBR 17

1613349-3 H44K7DCBR 17
1613349-4 H44K7DZBR 17
1613349-5 H44K7FCBR 17
1613350-1 H44K87FYBR 17
1613351-1 H44K99BYBR 17
1613351-2 H44K99FDBR 17
1613351-3 H44K99BZBR 17
1613352-1 H4500KBDBR 17
1613352-2 H4500KBYBR 17
1613353-1 H4500RAYAR 17
1613353-2 H4500RBYBR 17
1613353-3 H4502R5DYAR 17
1613354-1 H450KBDBR 17
1613354-3 H450KBYBR 17
1613355-1 H450RBYBR 17
1613355-2 H450RBZBR 17
1613356-1 H4510RDZBR 17
1613356-2 H4510RFCBR 17
1613356-3 H4510RBZBR 17
1613357-1 H4511RBZBR 17
1613358-1 H451KBCBR 17
1613358-2 H451KDZBR 17
1613358-3 H451KBZBR 17
1613359-1 H451RDCBR 17
1613360-1 H4536RFCBR 17
1613360-2 H4536RFYBR 17
1613361-1 H453R6FYBR 17
1613363-1 H4560RDYBR 17
1613363-2 H4560RDZBR 17
1613363-3 H4560RFCBR 17
1613363-4 H4562KFYBR 17
1613364-1 H456K2FCBR 17
1613365-1 H456KBCBR 17
1613365-2 H456KDZBR 17
1613366-1 H456R2DCBR 17
1613367-1 H4576RFCBR 17
1613368-1 H457KCCBR 17
1613369-1 H4580RFCBR 17
1613370-1 H45K0BAAR 17
1613370-2 H45K0BDBR 17
1613370-3 H45K0BYBR 17
1613370-4 H45K0FDBR 17
1613371-1 H45K11DCBR 17
1613371-2 H45K11FCBR 17
1613371-3 H45K11FYBR 17
1613371-4 H45K11BZBR 17
1613372-1 H45K1BCBR 17
1613372-2 H45K1DCBR 17
1613372-3 H45K1DZBR 17
1613372-4 H45K1FCBR 17
1613372-5 H45K1FDBR 17
1613372-7 H45K1BZBR 17
1613373-1 H45K23BYBR 17
1613373-2 H45K23FDBR 17
1613374-1 H45K36BYBR 17
1613374-2 H45K36FYBR 17
1613375-1 H45K62BCBR 17
1613375-2 H45K62FCBR 17
1613375-3 H45K62FDBR 17
1613375-4 H45K62DCBR 17
1613376-1 H45K6DCBR 17
1613376-2 H45K6DCDR 17
1613376-3 H45K6DZBR 17
1613376-4 H45K6FDBR 17
1613377-1 H45K9BYBR 17
1613377-2 H45K9FYBR 17
1613378-1 H45R0FCAR 17
1613379-1 H4604RFCBR 17
1613380-1 H460R24BZBR 17
1613380-2 H460K4FYBR 17
1613381-2 H460R4FYBR 17
1613384-1 H461K9BCBR 17
1613385-1 H461R9DCBR 17
1613386-1 H4620RDZBR 17
1613386-2 H4620RFCBR 17
1613387-1 H462KDZBR 17
1613387-2 H462KFCBR 17
1613388-1 H462RBYAR 17
1613388-2 H462RDZBR 17
1613388-3 H462RFCBR 17
1613389-1 H463K4BZBR 17
1613391-1 H464K9FYBR 17
1613392-1 H464R9DCBR 17
1613393-1 H466R5FYBR 17
1613394-1 H4680RDZBR 17
1613394-2 H4680RFCBR 17
1613395-1 H4681KFCBR 17
1613395-8 H468K1FCBR 17
1613395-9 H468K1BZBR 17
1613396-1 H468KBZBR 17
1613396-2 H468KDZBR 17
1613397-1 H468R1FCAR 17

1613398-1 H468RBYBR 17
1613398-2 H468RFCBR 17
1613399-1 H469K8FYBR 17
1613400-1 H46K04DCBR 17
1613400-2 H46K04BYBR 17
1613401-1 H46K2DZBR 17
1613402-1 H46K34BZBR 17
1613402-2 H46K34FYBR 17
1613403-1 H46K49BZBR 17
1613404-1 H46K81BCBR 17
1613404-2 H46K81FCBR 17
1613405-1 H46K8BCBR 17
1613405-2 H46K8BYBR 17
1613405-3 H46K8DZBR 17
1613405-4 H46K8FCBR 17
1613405-5 H46K8FDBR 17
1613405-7 H46K8FYBR 17
1613406-1 H46K98BYBR 17
1613406-2 H46K98FYBR 17
1613406-3 H46K98BZBR 17
1613407-1 H46R19BCAR 17
1613408-1 H473R2FYBR 17
1613408-2 H4732RBYBR 17
1613408-3 H471K7FCBR 17
1613409-1 H4750KFYBR 17
1613410-1 H4750RBCBR 17
1613410-2 H4750RDZBR 17
1613410-3 H4750RFCBR 17
1613411-1 H475KFYBR 17
1613411-3 H475KBZBR 17
1613411-4 H475KDZBR 17
1613412-1 H475RBZBR 17
1613412-2 H475RDCBR 17
1613412-3 H475RDZBR 17
1613413-1 H4787RBZBR 17
1613414-1 H478K7FYBR 17
1613415-1 H47K5FDBR 17
1613415-2 H47K5FYBR 17
1613415-3 H47K5DZBR 17
1613416-1 H47K87BZBR 17
1613417-1 H4806RFYBR 17
1613418-1 H480K6FYBR 17
1613418-2 H480K6BZBR 17
1613419-1 H480R3BZBR 17
1613419-2 H480R6BYBR 17
1613419-3 H480R6FYBR 17
1613420-1 H4820KDZBR 17
1613421-1 H4820RBCBR 17
1613421-2 H4820RDZBR 17
1613421-3 H4820RFCBR 17
1613421-4 H4820RFDBR 17
1613421-5 H4820RBYBR 17
1613421-6 H4820RBZBR 17
1613422-1 H4825KFCBR 17
1613423-1 H4825RBZBR 17
1613423-2 H4825RDCBR 17
1613424-1 H482K5BZBR 17
1613425-1 H482KDZBR 17
1613425-2 H482KFCBR 17
1613425-3 H482KBZBR 17
1613426-1 H482R1FCBR 17
1613427-1 H482RDZBR 17
1613427-2 H482RFCBR 17
1613428-1 H486R6FYBR 17
1613429-1 H488K7BYBR 17
1613429-2 H488K7BZBR 17
1613430-1 H48K06BYBR 17
1613431-1 H48K21DCBR 17
1613432-1 H48K25FCBR 17
1613432-2 H48K25FDBR 17
1613432-3 H48K25BZBR 17
1613433-1 H48K2DCBR 17
1613433-2 H48K2DZBR 17
1613433-3 H48K2BZBR 17
1613434-1 H48K66FCBR 17
1613435-1 H4900KCDBR 17
1613435-2 H4900KBDBR 17
1613436-1 H4900RBCBR 17
1613436-2 H4900RBDBR 17
1613437-1 H490R9DCBR 17
1613438-1 H4910RBCBR 17
1613438-2 H4910RDZBR 17
1613438-3 H4910RFCBR 17
1613439-1 H491KDZBR 17
1613440-1 H492R15BZBR 17
1613441-1 H4931RFYBR 17
1613442-1 H493K1FYBR 17
1613442-2 H493K1BZBR 17
1613442-3 H493K1BCBR 17
1613442-4 H493K1BYBR 17
1613443-1 H493R1FYBR 17
1613443-2 H493R1BYBR 17
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1613444-1 H4953RBYBR 17
1613445-1 H496R09BZBR 17
1613446-1 H4976KFCBR 17
1613446-5 H4976RBYBR 17
1613447-1 H4990KDCBR 17
1613447-2 H4990KBCBR 17
1613448-1 H49K09FYBR 17
1613448-2 H49K09BZBR 17
1613449-1 H49K0BDBR 17
1613450-1 H49K1DZBR 17
1613450-2 H49K1FCBR 17
1613451-1 H49K9BDBR 17
1613452-1 H49R53BCAR 17
1613453-1 H4N50RFZAR 17
1613454-1 H4P130RBYAR 17
1613454-2 H4P120RFCAR 17
1613454-3 H4P33KFCAR 17
1613454-4 H4P10KFCAR 17
1613454-5 H4P4K7FCAR 17
1613454-6 H4P3K9FCAR 17
1613454-7 H4P1K5FCAR 17
1613454-8 H4P1K0FCAR 17
1613454-9 H4P820RFCAR 17
1613470-1 H8100KAYAR 17
1613470-2 H8100KBAAR 17
1613470-3 H8100KBBBR 17
1613470-4 H8100KBCBR 17
1613470-6 H8100KBDBR 17
1613470-7 H8100KBYBR 17
1613470-9 H8100KBYDR 17
1613471-1 H8100RBBAR 17
1613471-2 H8100RBCBR 17
1613471-4 H8100RBDBR 17
1613471-5 H8100RBYBR 17
1613471-7 H8100RBZBR 17
1613471-8 H8100RDCBR 17
1613471-9 H8100RDYBR 17
1613472-1 H8102KBDBR 17
1613472-2 H8102KBYBR 17
1613472-4 H8102KBYDR 17
1613473-1 H8102RBCBR 17
1613473-2 H8102RBDBR 17
1613473-3 H8102RBYBR 17
1613474-1 H8103KBAAR 17
1613475-1 H8105KBDBR 17
1613475-2 H8105KBYBR 17
1613475-3 H8105KBYDR 17
1613476-1 H8105RBYBR 17
1613477-1 H8107KBYBR 17
1613477-2 H8107KBYDR 17
1613478-2 H8107RBDBR 17
1613478-3 H8107RBYBR 17
1613479-1 H810K1BCBR 17
1613479-2 H810K1BDBR 17
1613479-3 H810K1BYBR 17
1613479-4 H810K07DCBR 17
1613480-1 H810K2BCBR 17
1613480-2 H810K2BDBR 17
1613480-3 H810K2BYBR 17
1613481-1 H810K3DZBR 17
1613482-1 H810K49BYBR 17
1613483-1 H810K5BDBR 17
1613483-2 H810K5BYBR 17
1613484-1 H810K72BYBR 17
1613485-1 H810K7BDBR 17
1613485-2 H810K7BYBR 17
1613485-3 H810K7BYDR 17
1613486-1 H810KBAAR 17
1613486-2 H810KBCBR 17
1613486-3 H810KBDBR 17
1613486-4 H810KBDDR 17
1613486-6 H810KBYBR 17
1613486-7 H810KBYDR 17
1613487-1 H810R2BDBR 17
1613487-2 H810R2BYAR 17
1613488-1 H810R5BDAR 17
1613489-1 H810R7BDBR 17
1613490-1 H810RAYAR 17
1613490-2 H810RBCAR 17
1613490-3 H810RBDAR 17
1613490-4 H810RBYAR 17
1613490-5 H810RBZBR 17
1613490-6 H810RDCBR 17
1613490-7 H810RFCBR 17
1613490-8 H810RFYAR 17
1613491-1 H8110KBCBR 17
1613491-2 H8110KBDBR 17
1613491-3 H8110KBDDR 17
1613491-4 H8110KBYBR 17
1613491-5 H8110KBYDR 17
1613491-7 H8110KDCBR 17
1613491-8 H8110KFDBR 17

1613491-9 H8110KFYBR 17
1613492-1 H8110RBDBR 17
1613492-2 H8110RBYBR 17
1613492-3 H8110RFYBR 17
1613492-4 H8110RDYBR 17
1613492-5 H8110RFYDR 17
1613492-6 H8110RFCBR 17
1613493-1 H8111K1BDBR 17
1613493-2 H8111KCDBR 17
1613493-3 H8111KDCBR 17
1613494-1 H8111RBDBR 17
1613495-1 H8113KBYBR 17
1613495-2 H8113KBDBR 17
1613496-1 H8113RBDBR 17
1613496-2 H8113RBYBR 17
1613497-1 H8114R9BCBR 17
1613498-1 H8115KBYBR 17
1613499-1 H8115RBCBR 17
1613499-2 H8115RBDBR 17
1613499-3 H8115RBYBR 17
1613500-1 H8116K086BAAR 17
1613501-1 H8118KADAR 17
1613501-2 H8118KBDBR 17
1613501-3 H8118KBYBR 17
1613502-1 H8118RBDBR 17
1613502-2 H8118RDCBR 17
1613502-3 H8118RBYBR 17
1613503-1 H811K3BCBR 17
1613503-2 H811K3BDBR 17
1613503-3 H811K3BYBR 17
1613504-1 H811K5AYAR 17
1613504-2 H811K5BYBR 17
1613504-3 H811K5BDBR 17
1613504-4 H811K5BYDR 17
1613505-1 H811K8BDBR 17
1613505-2 H811K8BYBR 17
1613505-3 H811K8FDBR 17
1613506-1 H811KBBBR 17
1613506-2 H811KBDBR 17
1613506-3 H811KBYBR 17
1613506-5 H811KBZBR 17
1613506-6 H811KCCBR 17
1613506-7 H811KFCBR 17
1613506-9 H811KFYBR 17
1613507-1 H811R3BDBR 17
1613508-1 H811R5BDBR 17
1613509-1 H811RBYAR 17
1613509-2 H811RFYAR 17
1613509-3 H811RDCBR 17
1613509-4 H811RFCBR 17
1613510-1 H8120KBDBR 17
1613510-2 H8120KBDDR 17
1613510-3 H8120KBYBR 17
1613510-4 H8120KFCBR 17
1613510-5 H8120KFDBR 17
1613510-7 H8120KFYDR 17
1613510-8 H8120KDZBR 17
1613511-1 H8120RBCBR 17
1613511-2 H8120RBYBR 17
1613511-3 H8120RDBAR 17
1613511-4 H8120RDZBR 17
1613511-5 H8120RFAAR 17
1613511-6 H8120RFYBR 17
1613511-8 H8120RFDBR 17
1613511-9 H8120RBDBR 17
1613512-1 H8121KBDBR 17
1613512-2 H8121KBYBR 17
1613512-3 H8121KBYDR 17
1613512-4 H8121KDCBR 17
1613513-1 H8121RBDBR 17
1613513-2 H8121RBYBR 17
1613513-3 H8121RBZBR 17
1613513-4 H8121RFCBR 17
1613514-1 H8123RDCBR 17
1613515-1 H8124KBDBR 17
1613515-2 H8124KBYBR 17
1613516-1 H8124RBDBR 17
1613516-2 H8124RDCBR 17
1613516-3 H8124RBYBR 17
1613517-1 H8125KBDBR 17
1613517-2 H8125KBCBR 17
1613518-1 H8125RBCBR 17
1613518-2 H8125RBDBR 17
1613518-3 H8125RBYBR 17
1613518-4 H8125RAYAR 17
1613518-5 H8125RAAAR 17
1613519-1 H8127KBYBR 17
1613519-2 H8127KFDBR 17
1613520-1 H8127RBDBR 17
1613520-2 H8127RBYBR 17
1613521-1 H8128K5BCBR 17
1613522-1 H8128K867BAAR 17

1613523-1 H812K04BYBR 17
1613524-1 H812K1BCBR 17
1613524-2 H812K1BDBR 17
1613524-3 H812K1BDDR 17
1613524-4 H812K1BYBR 17
1613524-5 H812K1DCBR 17
1613525-1 H812K3BDBR 17
1613525-2 H812K3BZBR 17
1613526-1 H812K4BDBR 17
1613526-2 H812K4BYBR 17
1613526-3 H812K4DCBR 17
1613527-1 H812K5BDBR 17
1613527-2 H812K5BYBR 17
1613528-1 H812K7BAAR 17
1613528-2 H812K7BDBR 17
1613528-3 H812K7BYBR 17
1613528-4 H812K7BYDR 17
1613528-5 H812K7CCBR 17
1613529-1 H812KBDBR 17
1613529-2 H812KBYBR 17
1613529-4 H812KCDBR 17
1613529-5 H812KDCBR 17
1613529-6 H812KDDBR 17
1613529-7 H812KDZBR 17
1613529-8 H812KFCBR 17
1613529-9 H812KFDBR 17
1613530-1 H812R1DCBR 17
1613530-2 H812R1FCBR 17
1613530-3 H812R1FYAR 17
1613530-4 H812R1BDAR 17
1613531-1 H812R4BDBR 17
1613531-2 H812RBYAR 17
1613531-3 H812RCDBR 17
1613532-1 H812RFYAR 17
1613532-2 H812RDCBR 17
1613533-1 H8130KBDBR 17
1613533-2 H8130KBDDR 17
1613533-3 H8130KBYBR 17
1613533-4 H8130KDCBR 17
1613533-5 H8130KFDBR 17
1613533-6 H8130KCDBR 17
1613533-7 H8130KFYBR 17
1613534-1 H8130RAYAR 17
1613534-2 H8130RBAAR 17
1613534-3 H8130RBDBR 17
1613534-4 H8130RBYBR 17
1613534-5 H8130RDCBR 17
1613534-6 H8130RFCBR 17
1613534-7 H8130RFYBR 17
1613535-1 H8133KBDBR 17
1613535-2 H8133KBYBR 17
1613535-3 H8133KBYDR 17
1613536-1 H8133RBYBR 17
1613536-2 H8133RBYDR 17
1613536-3 H8133RBDBR 17
1613537-1 H8135KBYBR 17
1613538-1 H8137K3BAAR 17
1613539-1 H8137KBYBR 17
1613539-2 H8137KBDBR 17
1613540-1 H8137RBYBR 17
1613541-1 H813K3BDBR 17
1613541-2 H813K3BYBR 17
1613541-3 H813K3FDBR 17
1613542-1 H813K72BCBR 17
1613543-1 H813K7BDBR 17
1613543-2 H813K7BYBR 17
1613543-3 H813K7BYDR 17
1613543-4 H813K7DZBR 17
1613543-5 H813K7FCBR 17
1613544-1 H813K88BCBR 17
1613545-1 H813KBDBR 17
1613545-2 H813KBYBR 17
1613545-4 H813KDCBR 17
1613545-5 H813KFAAR 17
1613545-6 H813KFDBR 17
1613545-7 H813KFYBR 17
1613545-8 H813KFYDR 17
1613546-1 H813RBYAR 17
1613546-2 H813RFCBR 17
1613546-3 H813RFYAR 17
1613546-4 H813RBDAR 17
1613547-1 H8140KBDBR 17
1613547-3 H8140KBYBR 17
1613547-4 H8140KBYDR 17
1613547-5 H8140KCDBR 17
1613548-1 H8140RBDBR 17
1613548-2 H8140RFCBR 17
1613549-1 H8143KBDBR 17
1613549-2 H8143KBYBR 17
1613549-3 H8143KBYDR 17
1613550-1 H8143RBYBR 17
1613550-2 H8143RBYDR 17

1613551-1 H8145KBCBR 17
1613552-1 H8146K157BAAR 17
1613553-1 H8147KBDBR 17
1613553-2 H8147KBYBR 17
1613553-3 H814K12BCBR 17
1613553-4 H8147RBYBR 17
1613553-5 H8147RFDBR 17
1613554-1 H814K28BCBR 17
1613555-1 H814K3BDBR 17
1613555-2 H814K3BYBR 17
1613555-3 H814K3DCBR 17
1613555-4 H814K3FCBR 17
1613555-5 H814K3FDBR 17
1613556-1 H814K7BDBR 17
1613556-2 H814K7BYBR 17
1613557-1 H814KBBBR 17
1613557-2 H814KBDBR 17
1613557-3 H814KBYBR 17
1613557-5 H814KCDBR 17
1613557-6 H814KDCBR 17
1613558-1 H814RBYAR 17
1613558-2 H814RFCBR 17
1613559-1 H8150KBAAR 17
1613559-2 H8150KBCBR 17
1613559-3 H8150KBDBR 17
1613559-4 H8150KBDDR 17
1613559-5 H8150KBYBR 17
1613559-6 H8150KBYDR 17
1613559-8 H8150KBZBR 17
1613559-9 H8150KCDBR 17
1613560-1 H8150RBBAR 17
1613560-2 H8150RBCBR 17
1613560-3 H8150RBDBR 17
1613560-4 H8150RBYBR 17
1613560-5 H8150RCDBR 17
1613560-6 H8150RDCBR 17
1613560-7 H8150RDZBR 17
1613560-8 H8150RFCBR 17
1613561-1 H8151K805BAAR 17
1613562-1 H8154KBYBR 17
1613562-2 H8154KBYDR 17
1613562-3 H8154K6BCBR 17
1613562-4 H8154KBDBR 17
1613563-1 H8154RBCBR 17
1613563-2 H8154RBYBR 17
1613564-1 H8158KBDBR 17
1613564-2 H8158KBYBR 17
1613565-1 H8158RBDBR 17
1613565-2 H8158RBYBR 17
1613565-3 H8158RDZBR 17
1613566-1 H8159K6BYBR 17
1613567-1 H815K4BDBR 17
1613567-2 H815K4BYBR 17
1613567-4 H815K4FAAR 17
1613567-5 H815K4FCBR 17
1613567-6 H815K4DDBR 17
1613567-7 H815K4DYBR 17
1613567-8 H815K4BCBR 17
1613567-9 H815K4FDBR 17
1613568-1 H815K85BCBR 17
1613569-1 H815K8BDBR 17
1613569-2 H815K8BYBR 17
1613570-1 H815KBCBR 17
1613570-2 H815KBDBR 17
1613570-3 H815KBDDR 17
1613570-5 H815KBYBR 17
1613570-6 H815KBYDR 17
1613570-8 H815KDYBR 17
1613570-9 H815KFDBR 17
1613571-1 H815R4BDAR 17
1613572-1 H815RBDAR 17
1613572-2 H815RBYAR 17
1613572-3 H815RFCBR 17
1613572-4 H815RFYAR 17
1613573-1 H8160KBYBR 17
1613573-3 H8160KFYBR 17
1613573-4 H8160KBDBR 17
1613574-1 H8160RDYBR 17
1613574-2 H8160RFYBR 17
1613575-1 H8162KBDBR 17
1613575-2 H8162KBYBR 17
1613575-3 H8162KFDBR 17
1613576-1 H8162RBDBR 17
1613576-2 H8162RBYBR 17
1613577-1 H8164K160BBAR 17
1613578-1 H8165KBYBR 17
1613578-2 H8165KBDBR 17
1613579-1 H8165RBCBR 17
1613579-2 H8165RBDBR 17
1613579-3 H8165RBYBR 17
1613579-4 H8165RFCBR 17
1613580-1 H8169KBDBR 17
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1613580-2 H8169KBYBR 17
1613581-1 H8169RBYBR 17
1613582-1 H816K2BYBR 17
1613582-2 H816K2BYDR 17
1613582-4 H816K2FYBR 17
1613582-5 H816K2BDBR 17
1613582-6 H816K2FDBR 17
1613583-1 H816K5BDBR 17
1613583-2 H816K5BYBR 17
1613584-1 H816K78BDBR 17
1613584-2 H816K78BYBR 17
1613585-1 H816K9BDBR 17
1613585-2 H816K9BYBR 17
1613585-3 H816K9BYDR 17
1613585-5 H816K9DYBR 17
1613585-6 H816K9FYBR 17
1613586-1 H816KBDBR 17
1613586-2 H816KBYBR 17
1613586-4 H816KDZBR 17
1613586-5 H816KFYBR 17
1613587-1 H816R2BDBR 17
1613587-2 H816R2FCBR 17
1613588-1 H816R5BDBR 17
1613589-1 H816R97BDAR 17
1613590-1 H816RFYAR 17
1613591-1 H8170KBBAR 17
1613592-1 H8174KBDBR 17
1613592-2 H8174KBYBR 17
1613593-1 H8174RBDBR 17
1613593-2 H8174RBYBR 17
1613594-1 H8178KBDBR 17
1613594-2 H8178KBYBR 17
1613594-3 H8178KDCBR 17
1613594-4 H8178KDDBR 17
1613595-1 H8178RBDBR 17
1613595-2 H8178RBYBR 17
1613595-3 H8178RDZBR 17
1613596-1 H817K4BDBR 17
1613596-2 H817K4BYBR 17
1613596-3 H817K4FCBR 17
1613596-4 H817K4FDBR 17
1613597-1 H817K62BCBR 17
1613598-1 H817K72BYBR 17
1613599-1 H817K8BDBR 17
1613599-2 H817K8BYBR 17
1613599-3 H817K8DDBR 17
1613599-4 H817K8FYBR 17
1613600-1 H817R4BDBR 17
1613600-2 H817R4FCAR 17
1613601-1 H817R7BCBR 17
1613602-1 H8180K4BYBR 17
1613603-1 H8180KBCBR 17
1613603-2 H8180KBDBR 17
1613603-3 H8180KBYBR 17
1613603-5 H8180KDYBR 17
1613603-6 H8180KFCBR 17
1613603-8 H8180KBDDR 17
1613603-9 H8180KDZBR 17
1613604-1 H8180RBDBR 17
1613604-2 H8180RBYBR 17
1613604-3 H8180RCCBR 17
1613604-4 H8180RCDBR 17
1613604-5 H8180RDZBR 17
1613604-7 H8180RFYBR 17
1613604-8 H8180RBCBR 17
1613605-1 H8182KBDBR 17
1613605-2 H8182KBYBR 17
1613605-3 H8182KFDBR 17
1613606-1 H8182RBDBR 17
1613606-2 H8182RBYBR 17
1613607-1 H8184K6BCBR 17
1613608-1 H8186K238BAAR 17
1613609-1 H8187KBDBR 17
1613609-2 H8187KBYBR 17
1613610-1 H8187RBDBR 17
1613610-2 H8187RCCBR 17
1613610-3 H8187RBYBR 17
1613610-4 H8187RDCBR 17
1613610-5 H8187RFCBR 17
1613611-1 H818K2BDBR 17
1613611-2 H818K2BYBR 17
1613611-3 H818K2BYDR 17
1613612-1 H818K76BYBR 17
1613613-1 H818K7BDBR 17
1613613-2 H818K7BYBR 17
1613613-4 H818K7AAAR 17
1613614-1 H818KBDBR 17
1613614-2 H818KBYBR 17
1613614-4 H818KCCBR 17
1613614-5 H818KCDBR 17
1613614-6 H818KDCBR 17
1613614-7 H818KDZBR 17

1613614-9 H818KFYBR 17
1613615-1 H818R2BDBR 17
1613615-2 H818R2BYAR 17
1613615-3 H818R2FCBR 17
1613615-4 H818R2FYAR 17
1613616-1 H818R7DCBR 17
1613617-1 H818RBYAR 17
1613617-2 H818RBZBR 17
1613617-3 H818RDZBR 17
1613617-4 H818RFYAR 17
1613617-5 H818RCDBR 17
1613618-1 H8190RBCBR 17
1613619-1 H8191KBYBR 17
1613620-1 H8191RBDBR 17
1613620-2 H8191RBYBR 17
1613621-1 H8196K6BBAR 17
1613622-1 H8196KBBAR 17
1613622-2 H8196KBDBR 17
1613622-3 H8196KBYBR 17
1613622-4 H8196KFYBR 17
1613623-1 H8196RBYBR 17
1613623-2 H8196RBDBR 17
1613624-1 H8197K71BYBR 17
1613624-2 H819K1BDBR 17
1613625-1 H819K1BYBR 17
1613626-1 H819K6BDBR 17
1613626-2 H819K6BYBR 17
1613626-3 H819K6CDBR 17
1613626-4 H819K6FYBR 17
1613627-1 H819K93BYBR 17
1613628-1 H819KDZBR 17
1613629-1 H81K027BCBR 17
1613630-1 H81K02BCBR 17
1613630-2 H81K02BDBR 17
1613630-3 H81K02BYBR 17
1613631-1 H81K05BDBR 17
1613631-2 H81K05DCBR 17
1613631-3 H81K05BYBR 17
1613631-4 H81K0512BDBR 17
1613632-1 H81K07DCBR 17
1613632-2 H81K07BYBR 17
1613633-1 H81K08BCBR 17
1613633-2 H81K094CDBR 17
1613634-1 H81K0ADAR 17
1613634-2 H81K0AYAR 17
1613634-3 H81K0BBAR 17
1613634-4 H81K0BCBR 17
1613634-5 H81K0BDBR 17
1613634-6 H81K0BYBR 17
1613634-8 H81K0BZBR 17
1613634-9 H81K0DCBR 17
1613635-1 H81K11BAAR 17
1613636-1 H81K13BDBR 17
1613636-2 H81K13BYBR 17
1613637-1 H81K15BDBR 17
1613637-2 H81K15BYBR 17
1613637-3 H81K15DCBR 17
1613638-1 H81K18BCBR 17
1613638-2 H81K18BDBR 17
1613638-3 H81K18BYBR 17
1613639-1 H81K1BDBR 17
1613639-2 H81K1BDDR 17
1613639-3 H81K1BYBR 17
1613639-4 H81K1FCBR 17
1613639-5 H81K1FDBR 17
1613639-6 H81K1FYBR 17
1613639-7 H81K1CDBR 17
1613639-8 H81K1BYDR 17
1613640-1 H81K21BDBR 17
1613640-2 H81K21BYBR 17
1613640-3 H81K21FCBR 17
1613641-1 H81K24BDBR 17
1613641-2 H81K24BYBR 17
1613641-3 H81K24FDBR 17
1613641-4 H81K24BCBR 17
1613642-1 H81K251BCBR 17
1613643-1 H81K25BCBR 17
1613644-1 H81K26DZBR 17
1613645-1 H81K27BDBR 17
1613645-2 H81K27BYBR 17
1613645-3 H81K27BYDR 17
1613646-1 H81K2BCBR 17
1613646-2 H81K2BDBR 17
1613646-3 H81K2BYBR 17
1613646-4 H81K2BYDR 17
1613646-5 H81K2BYBYR 17
1613646-6 H81K2DCBR 17
1613646-7 H81K2DZBR 17
1613646-8 H81K2FDBR 17
1613646-9 H81K2FYBR 17
1613647-1 H81K32BCBR 17
1613648-1 H81K33AYAR 17

1613648-2 H81K33BYBR 17
1613648-3 H81K33DCBR 17
1613649-1 H81K37BYBR 17
1613649-2 H81K37FDBR 17
1613650-1 H81K3BDBR 17
1613650-2 H81K3BYBR 17
1613650-3 H81K3CDBR 17
1613650-4 H81K3DCBR 17
1613650-5 H81K3FYBR 17
1613650-6 H81K3DZBR 17
1613651-1 H81K40BYBR 17
1613652-1 H81K43BDBR 17
1613652-2 H81K43BYBR 17
1613653-1 H81K441BYBR 17
1613654-1 H81K47BYBR 17
1613654-2 H81K47DCBR 17
1613654-3 H81K47FCBR 17
1613655-1 H81K4BDBR 17
1613655-2 H81K4BYBR 17
1613655-3 H81K4DBAR 17
1613655-4 H81K4DCBR 17
1613655-5 H81K4FCBR 17
1613655-6 H81K4FDBR 17
1613656-1 H81K50FCBR 17
1613657-1 H81K54BDBR 17
1613657-2 H81K54BYBR 17
1613658-1 H81K58BDBR 17
1613658-2 H81K58BYBR 17
1613658-4 H81K58DZBR 17
1613658-5 H81K58FYBR 17
1613658-7 H81K58BDDR 17
1613659-1 H81K5BCBR 17
1613659-2 H81K5BDBR 17
1613659-3 H81K5BYBR 17
1613659-4 H81K5CCBR 17
1613659-5 H81K5DCBR 17
1613659-6 H81K5DYBR 17
1613659-7 H81K5DZBR 17
1613659-8 H81K5FCBR 17
1613659-9 H81K5FDBR 17
1613660-1 H81K602BCBR 17
1613661-1 H81K62BCBR 17
1613661-2 H81K62BDBR 17
1613661-3 H81K62BYBR 17
1613661-4 H81K62BYDR 17
1613661-6 H81K62FDBR 17
1613662-1 H81K65BDBR 17
1613662-2 H81K65BYBR 17
1613662-3 H81K65BYDR 17
1613662-5 H81K65FYBR 17
1613663-1 H81K69BDBR 17
1613663-2 H81K69BYBR 17
1613663-4 H81K69FAAR 17
1613664-1 H81K6BYBR 17
1613664-2 H81K6FYBR 17
1613664-3 H81K6CDBR 17
1613665-1 H81K704BZBR 17
1613666-1 H81K74BDBR 17
1613666-2 H81K74BYBR 17
1613666-3 H81K74AYAR 17
1613667-1 H81K774DCBR 17
1613667-2 H81K78BYBR 17
1613668-1 H81K78CCBR 17
1613669-1 H81K82BDBR 17
1613669-2 H81K82BYBR 17
1613669-3 H81K82DCBR 17
1613669-4 H81K82DYBR 17
1613669-6 H81K82FCBR 17
1613670-1 H81K87BYBR 17
1613671-1 H81K8BDBR 17
1613671-2 H81K8BYBR 17
1613671-3 H81K8DCBR 17
1613671-4 H81K8DZBR 17
1613671-5 H81K8FCBR 17
1613671-6 H81K8FDBR 17
1613671-8 H81K8FYBR 17
1613672-1 H81K91BDBR 17
1613672-2 H81K91DCBR 17
1613672-4 H81K91BYBR 17
1613673-1 H81K96BDBR 17
1613673-2 H81K96BYBR 17
1613673-4 H81K96DCBR 17
1613674-1 H81K98BCBR 17
1613674-2 H81K98BYBR 17
1613675-1 H81K9BCBR 17
1613676-1 H81M0BBBR 17
1613676-2 H81M0BDBR 17
1613676-4 H81M0BYBR 17
1613676-7 H81M0DZBR 17
1613676-8 H81M0FDBR 17
1613677-1 H81M2DCAR 17
1613678-1 H81M3FCAR 17

1613679-1 H81M5BDAR 17
1613679-2 H81M5FCAR 17
1613679-3 H81M5CDAR 17
1613681-1 H81R02FCAR 17
1613681-3 H81R0FCAR 17
1613682-1 H81R4FCAR 17
1613682-2 H81R5FCAR 17
1613683-1 H81R82FCAR 17
1613684-1 H8200KAYAR 17
1613684-2 H8200KBCBR 17
1613684-3 H8200KBDBR 17
1613684-4 H8200KBYBR 17
1613684-5 H8200KBYDR 17
1613684-7 H8200KDCBR 17
1613684-8 H8200KFDBR 17
1613685-1 H8200RBCBR 17
1613685-2 H8200RBDBR 17
1613685-3 H8200RBYBR 17
1613685-4 H8200RDCBR 17
1613685-5 H8200RDZBR 17
1613685-6 H8200RFCBR 17
1613685-8 H8200RFYBR 17
1613686-1 H8205KBDBR 17
1613686-2 H8205KBYBR 17
1613687-1 H8205RBDBR 17
1613687-2 H8205RBYBR 17
1613687-3 H8205RFCBR 17
1613688-1 H820K03BCBR 17
1613689-1 H820K47BCBR 17
1613690-1 H820K5BDBR 17
1613690-2 H820K5BYBR 17
1613691-1 H820KABAR 17
1613691-2 H820KBCBR 17
1613691-3 H820KBDBR 17
1613691-4 H820KBDDR 17
1613691-5 H820KBYBR 17
1613691-6 H820KBYDR 17
1613691-8 H820KBZBR 17
1613691-9 H820KDCBR 17
1613692-1 H820R5BDBR 17
1613693-1 H820RADAR 17
1613693-2 H820RBDBR 17
1613693-3 H820RBYAR 17
1613693-4 H820RDCBR 17
1613693-6 H820RFYAR 17
1613693-7 H820RDZBR 17
1613693-8 H820RCDBR 17
1613694-1 H8210KBCBR 17
1613694-2 H8210KBDBR 17
1613694-3 H8210KBYBR 17
1613695-1 H8210RBDBR 17
1613695-2 H8210RBYBR 17
1613695-3 H8210RFCBR 17
1613695-4 H8210RFYBR 17
1613696-1 H8215KBDBR 17
1613696-2 H8215KBYBR 17
1613696-3 H8215KDCBR 17
1613697-1 H8215RBYBR 17
1613698-1 H821K26BYBR 17
1613699-1 H821K2BCBR 17
1613700-1 H821K5BDBR 17
1613700-2 H821K5BYBR 17
1613700-3 H821K5FDBR 17
1613701-1 H821KBDBR 17
1613701-2 H821KBYBR 17
1613701-3 H821KBYDR 17
1613702-1 H821R5BYAR 17
1613702-2 H821R5FYAR 17
1613702-3 H821R5BDBR 17
1613703-1 H821RBDAR 17
1613703-2 H821RDCBR 17
1613703-3 H821RBYAR 17
1613704-1 H8220KBCBR 17
1613704-2 H8220KBYBR 17
1613704-4 H8220KDZBR 17
1613704-5 H8220KFCBR 17
1613704-6 H8220KFDBR 17
1613704-7 H8220KFYBR 17
1613705-1 H8220RBDBR 17
1613705-2 H8220RBYBR 17
1613705-3 H8220RCYBR 17
1613705-4 H8220RDCBR 17
1613705-5 H8220RDZBR 17
1613705-6 H8220RFCBR 17
1613705-7 H8220RFYBR 17
1613705-9 H8220RDYBR 17
1613706-1 H8221KBDBR 17
1613706-2 H8221KBYBR 17
1613706-3 H8221KFDBR 17
1613706-4 H8221KFYBR 17
1613707-1 H8221RBDBR 17
1613707-2 H8221RBYBR 17
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1613707-3 H8221RFCBR 17
1613708-1 H8226KBDBR 17
1613708-2 H8226KBYBR 17
1613708-3 H8226KBZBR 17
1613709-1 H8226RBDBR 17
1613709-2 H8226RBYBR 17
1613709-3 H8226RFAAR 17
1613710-1 H8229K4BCBR 17
1613711-1 H822K1BDBR 17
1613711-2 H822K1BDDR 17
1613711-3 H822K1BYBR 17
1613711-4 H822K1BYDR 17
1613711-5 H822K1DCBR 17
1613711-6 H822K1FDBR 17
1613711-8 H822K1FYBR 17
1613712-1 H822K3BYBR 17
1613712-2 H822K3FCBR 17
1613713-1 H822K4BCBR 17
1613714-1 H822K6BDBR 17
1613714-2 H822K6BYBR 17
1613715-1 H822K76BYBR 17
1613716-1 H822KBYBR 17
1613716-4 H822KFYBR 17
1613716-5 H822KBDBR 17
1613716-7 H822KDZBR 17
1613716-8 H822KCDBR 17
1613717-1 H822R1BDBR 17
1613718-1 H822R5BDAR 17
1613719-1 H822R6BDBR 17
1613719-2 H822RBYAR 17
1613720-2 H822RFYAR 17
1613721-1 H8230RBAANR 17
1613722-1 H8232KBDBR 17
1613722-2 H8232KBYBR 17
1613722-3 H8232KDCBR 17
1613722-4 H8232KFDBR 17
1613723-1 H8232RBDBR 17
1613723-2 H8232RBYBR 17
1613724-1 H8235R4BCBR 17
1613725-1 H8237KBABR 17
1613725-2 H8237KBDBR 17
1613725-3 H8237KBYBR 17
1613725-4 H8237KBYDR 17
1613725-5 H8237KDCBR 17
1613725-6 H8237KFAAR 17
1613726-1 H8237RBDBR 17
1613726-2 H8237RBYBR 17
1613726-3 H8237RFCBR 17
1613727-1 H8238K2BCBR 17
1613728-1 H823K2BDBR 17
1613728-2 H823K2BYBR 17
1613728-3 H823K2FCBR 17
1613728-5 H823K2FYBR 17
1613729-1 H823K5BDBR 17
1613730-1 H823K7BDBR 17
1613730-3 H823K7BYBR 17
1613730-4 H823K7FYBR 17
1613731-1 H823R2BDBR 17
1613731-2 H823R2BYAR 17
1613731-4 H823R7BDAR 17
1613732-1 H8240KBDBR 17
1613732-2 H8240KBYBR 17
1613732-4 H8240KFCBR 17
1613732-5 H8240KFDBR 17
1613732-6 H8240KFYBR 17
1613732-7 H8240KDZBR 17
1613733-1 H8240RBYBR 17
1613733-2 H8240RBZBR 17
1613733-3 H8240RCDBR 17
1613733-4 H8240RDYBR 17
1613733-5 H8240RDZBR 17
1613733-6 H8240RFYBR 17
1613734-1 H8242KBYDR 17
1613735-1 H8243KBYBR 17
1613735-2 H8243KDCBR 17
1613735-3 H8243KFDBR 17
1613736-1 H8243RBCBR 17
1613736-2 H8243RBDBR 17
1613736-3 H8243RBYBR 17
1613736-4 H8243RDCBR 17
1613737-1 H8245K1BCBR 17
1613738-1 H8249KBCBR 17
1613738-2 H8249KBDBR 17
1613738-3 H8249KBYBR 17
1613739-1 H8249RBCBR 17
1613739-2 H8249RBDBR 17
1613739-3 H8249RBYBR 17
1613739-5 H8249RFCBR 17
1613739-6 H8249RFYBR 17
1613740-1 H824K3BDBR 17
1613740-2 H824K3BYBR 17
1613740-4 H824K3DBBR 17

1613740-5 H824K3DCBR 17
1613740-6 H824K09BCBR 17
1613741-1 H824K9BDBR 17
1613741-2 H824K9BYBR 17
1613741-3 H824K9FDBR 17
1613741-6 H824K9DDBR 17
1613742-1 H824KBCBR 17
1613742-2 H824KBDBR 17
1613742-3 H824KBYBR 17
1613742-5 H824KDCBR 17
1613742-6 H824KDZBR 17
1613742-7 H824KFDBR 17
1613742-8 H824KFYBR 17
1613744-1 H824R9BDBR 17
1613744-2 H824R9BYAR 17
1613744-3 H824R9BYBR 17
1613744-4 H824R9DCBR 17
1613744-5 H824R9FCBR 17
1613744-6 H824R9FYAR 17
1613745-1 H824RFCBR 17
1613745-2 H824RFYAR 17
1613745-3 H824RDZBR 17
1613746-1 H8250K6BCBR 17
1613747-1 H8250KBYBR 17
1613747-2 H8250KCYBR 17
1613748-1 H8250RBBAR 17
1613748-2 H8250RBCBR 17
1613748-3 H8250RBDBR 17
1613748-4 H8250RBYBR 17
1613748-5 H8250RBZBR 17
1613748-6 H8250RCCBR 17
1613748-7 H8250RDCBR 17
1613749-1 H8252RDZBR 17
1613750-1 H8255KBDBR 17
1613750-2 H8255KBYBR 17
1613750-3 H8255KDCBR 17
1613750-4 H8255KFCBR 17
1613751-1 H8255RBDBR 17
1613751-2 H8255RBYBR 17
1613751-3 H8255RFCBR 17
1613752-1 H8257K3BCBR 17
1613753-1 H825K5BDBR 17
1613753-2 H825K5BYBR 17
1613753-3 H825K5FCBR 17
1613754-1 H825K83BYBR 17
1613755-1 H825KBCBR 17
1613755-2 H825KBYBR 17
1613756-1 H825R2BDAR 17
1613758-2 H8261KDAAR 17
1613758-3 H8261RBYBR 17
1613758-5 H8260KDYBR 17
1613759-1 H8261RFYBR 17
1613760-1 H8267KBDBR 17
1613761-1 H8267RBYBR 17
1613761-2 H8267RFCBR 17
1613762-1 H8269K4BCBR 17
1613763-1 H826K1BDDR 17
1613763-3 H826K1BYBR 17
1613764-1 H826K49BYBR 17
1613765-1 H826K7BDBR 17
1613765-2 H826K7BYBR 17
1613767-1 H8270KBYBR 17
1613767-3 H8270KBZBR 17
1613767-4 H8270KDCBR 17
1613767-5 H8270KFYBR 17
1613767-8 H8270KBDBR 17
1613768-1 H8270RBYBR 17
1613768-3 H8270RCDBR 17
1613768-4 H8270RFYBR 17
1613768-5 H8270RDYBR 17
1613768-6 H8270RDZBR 17
1613769-1 H8273RDYBR 17
1613770-1 H8274KBDBR 17
1613770-2 H8274KBYBR 17
1613770-3 H8274KDCBR 17
1613770-4 H8274KDZBR 17
1613771-1 H8274RBDBR 17
1613771-2 H8274RBYBR 17
1613771-3 H8274RFCBR 17
1613772-1 H8275RDCBR 17
1613773-1 H827K1BYBR 17
1613774-1 H827K4BDBR 17
1613774-2 H827K4BYBR 17
1613774-3 H827K4BYDR 17
1613774-4 H827K4DCBR 17
1613774-5 H827K4FDBR 17
1613775-1 H827KBDDR 17
1613775-2 H827KBYBR 17
1613775-4 H827KDZBR 17
1613775-5 H827KFDBR 17
1613775-7 H827KFYBR 17
1613775-8 H827KFYDR 17

1613775-9 H827KBDBR 17
1613776-1 H827R4BDBR 17
1613776-2 H827R4BYBR 17
1613777-1 H827RBYAR 17
1613777-2 H827RDZBR 17
1613777-3 H827RFYAR 17
1613777-4 H827RCDBR 17
1613777-5 H827RBCAR 17
1613777-6 H827RBDAR 17
1613778-1 H8280KBDBR 17
1613778-2 H8280KBYBR 17
1613779-1 H8280RBDBR 17
1613779-2 H8280RBYBR 17
1613780-1 H8287KBDBR 17
1613780-2 H8287KBYBR 17
1613781-1 H8287RBDBR 17
1613781-2 H8287RBYBR 17
1613782-1 H828K4BYBR 17
1613783-1 H828K7BYBR 17
1613783-2 H828K7FDBR 17
1613783-3 H828K7BDBR 17
1613784-1 H828KBDBR 17
1613784-2 H828KBYBR 17
1613784-3 H828KFCBR 17
1613785-1 H828R7BDBR 17
1613787-1 H8291RBCBR 17
1613788-1 H8294KBDBR 17
1613788-2 H8294KFCBR 17
1613788-3 H8294KDCBR 17
1613788-4 H8294KBYBR 17
1613789-1 H8294RBDBR 17
1613789-3 H8294RBYBR 17
1613790-1 H8298RBDBR 17
1613791-1 H829K1BYBR 17
1613792-1 H829K4BDBR 17
1613792-2 H829K4BYBR 17
1613793-1 H829R4BDAR 17
1613793-2 H829R4BDBR 17
1613793-3 H829R4BYAR 17
1613794-1 H82K01BBAR 17
1613795-1 H82K05BDBR 17
1613795-2 H82K05BYBR 17
1613795-3 H82K05DCBR 17
1613795-4 H82K05DZBR 17
1613796-1 H82K0BCBR 17
1613796-3 H82K0BDDR 17
1613796-4 H82K0BYBR 17
1613796-6 H82K0BZBR 17
1613796-8 H82K0DZBR 17
1613796-9 H82K0FCBR 17
1613797-1 H82K11AYAR 17
1613798-1 H82K15BDBR 17
1613798-2 H82K15BYBR 17
1613798-3 H82K15DCBR 17
1613798-4 H82K15AYBR 17
1613799-1 H82K1BDBR 17
1613799-2 H82K1BYBR 17
1613799-3 H82K1FAAR 17
1613799-4 H82K1BCBR 17
1613800-1 H82K21BDBR 17
1613800-2 H82K21BYBR 17
1613800-3 H82K21DCBR 17
1613800-4 H82K21DYBR 17
1613800-5 H82K21FYBR 17
1613801-1 H82K26BDBR 17
1613801-2 H82K26BYBR 17
1613801-3 H82K26FAAR 17
1613802-1 H82K2BCBR 17
1613802-2 H82K2BDBR 17
1613802-3 H82K2BYBR 17
1613802-5 H82K2BZBR 17
1613802-6 H82K2CCBR 17
1613802-7 H82K2DCBR 17
1613802-9 H82K2FCBR 17
1613803-1 H82K32BDBR 17
1613803-2 H82K32BYBR 17
1613803-3 H82K32FCBR 17
1613803-4 H82K32FYBR 17
1613804-1 H82K35BCBR 17
1613805-1 H82K37BDBR 17
1613805-2 H82K37BYBR 17
1613806-1 H82K388BZBR 17
1613807-1 H82K3BAAR 17
1613808-1 H82K43BDBR 17
1613808-2 H82K43BYBR 17
1613809-1 H82K49AYAR 17
1613809-2 H82K49BAAR 17
1613809-3 H82K49BCBR 17
1613809-4 H82K49BDBR 17
1613809-6 H82K49BYBR 17
1613809-7 H82K49FYBR 17
1613810-1 H82K4BCBR 17

1613810-2 H82K4BDBR 17
1613810-3 H82K4BYBR 17
1613810-4 H82K4DZBR 17
1613810-5 H82K4FDBR 17
1613810-7 H82K4FYBR 17
1613810-8 H82K4FAAR 17
1613810-9 H82K4BBAR 17
1613811-1 H82K55BDBR 17
1613811-2 H82K55BYBR 17
1613811-3 H82K55DCBR 17
1613812-1 H82K5BCBR 17
1613812-2 H82K5BDBR 17
1613812-3 H82K5BYBR 17
1613812-4 H82K5CDBR 17
1613812-5 H82K5DZBR 17
1613812-6 H82K5FAAR 17
1613813-1 H82K61BAAR 17
1613813-2 H82K61BDBR 17
1613813-3 H82K61BYBR 17
1613813-5 H82K61BYDR 17
1613814-1 H82K65BYBR 17
1613814-2 H82K65DZBR 17
1613815-1 H82K67BDBR 17
1613815-2 H82K67BYBR 17
1613815-3 H82K67FCBR 17
1613816-1 H82K74BDBR 17
1613816-2 H82K74BYBR 17
1613816-3 H82K74BYDR 17
1613816-4 H82K74DCBR 17
1613816-5 H82K74FCBR 17
1613816-6 H82K74DDBR 17
1613817-1 H82K7BCBR 17
1613817-2 H82K7BDBR 17
1613817-3 H82K7BYBR 17
1613817-5 H82K7CDBR 17
1613817-6 H82K7DCBR 17
1613817-7 H82K7DZBR 17
1613817-8 H82K7FDBR 17
1613818-1 H82K87BYBR 17
1613818-3 H82K87DCBR 17
1613818-4 H82K87FDBR 17
1613818-5 H82K87BYDR 17
1613819-1 H82K8BDBR 17
1613819-2 H82K8BYBR 17
1613819-3 H82K8BYDR 17
1613819-4 H82K8DCBR 17
1613820-1 H82K94BDBR 17
1613820-2 H82K94BYBR 17
1613822-1 H82M67FCAR 17
1613823-1 H82R21FCAR 17
1613824-1 H82R26DCAR 17
1613825-1 H82R43FCAR 17
1613826-1 H82R61FCAR 17
1613827-1 H82R67FCBR 17
1613827-2 H82R74FCAR 17
1613828-1 H82R8FCAR 17
1613829-1 H8300KBDBR 17
1613829-2 H8300KBYBR 17
1613829-3 H8300KBZBR 17
1613829-4 H8300KFCBR 17
1613829-5 H8300KFYBR 17
1613829-7 H8300RBDBR 17
1613829-8 H8300RBYBR 17
1613830-1 H8301KBDBR 17
1613831-1 H8301RBDBR 17
1613831-2 H8301RBYBR 17
1613832-1 H8309KBDBR 17
1613832-2 H8309KBYBR 17
1613832-3 H8309KFYBR 17
1613833-1 H8309RBYBR 17
1613833-2 H8309RDCBR 17
1613833-3 H8309RBDBR 17
1613834-1 H830K1BDBR 17
1613834-2 H830K1BYBR 17
1613834-3 H830K1BYDR 17
1613834-4 H830K1DCBR 17
1613834-5 H830K1FYBR 17
1613834-6 H830K1FDBR 17
1613835-1 H830K9BDBR 17
1613835-2 H830K9BYDR 17
1613835-3 H830K9DCBR 17
1613836-1 H830KBCBR 17
1613836-2 H830KBDBR 17
1613836-3 H830KBYBR 17
1613836-5 H830KBZBR 17
1613836-6 H830KCCBR 17
1613836-7 H830KDCBR 17
1613836-8 H830KFCBR 17
1613836-9 H830KFDBR 17
1613837-1 H830R1BDAR 17
1613837-2 H830R1BDBR 17
1613838-1 H830R9BDBR 17
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1613839-1 H830RFYAR 17
1613839-2 H830RDZBR 17
1613840-1 H8312KBYDR 17
1613841-1 H8316KBYBR 17
1613841-2 H8316KFDBR 17
1613841-3 H8316KBDBR 17
1613842-1 H8316RBDBR 17
1613842-2 H8316RBYBR 17
1613842-3 H8316RDYBR 17
1613842-4 H8316RFDBR 17
1613843-1 H831K6BDBR 17
1613843-2 H831K6BYBR 17
1613843-3 H831K6BYDR 17
1613843-4 H831K6FYBR 17
1613843-5 H831K64BYB 17
1613844-1 H831R6BDBR 17
1613844-2 H831R6FCBR 17
1613845-1 H8324KBYBR 17
1613845-2 H8324KBDBR 17
1613846-1 H8324RBDBR 17
1613846-2 H8324RBYBR 17
1613847-1 H8326K1BYBR 17
1613848-1 H8326K5BCBR 17
1613849-1 H832K4BDBR 17
1613849-2 H832K4BYBR 17
1613849-3 H832K4BYDR 17
1613850-1 H832KFAAR 17
1613851-1 H832R4BDBR 17
1613851-3 H832RBYAR 17
1613852-1 H8330KBDBR 17
1613852-2 H8330KBYBR 17
1613852-4 H8330KBZBR 17
1613852-5 H8330KDCDR 17
1613852-6 H8330KDZBR 17
1613852-7 H8330KFDBR 17
1613852-9 H8330KFYBR 17
1613853-1 H8330RBCBR 17
1613853-2 H8330RBYBR 17
1613853-4 H8330RDBAR 17
1613853-5 H8330RDYBR 17
1613853-6 H8330RDZBR 17
1613853-7 H8330RFDBR 17
1613853-9 H8330RFYBR 17
1613854-1 H8332KBDBR 17
1613854-2 H8332KBYBR 17
1613854-3 H8332KDYBR 17
1613855-1 H8332RBAAR 17
1613855-2 H8332RBDBR 17
1613855-3 H8332RBYBR 17
1613855-4 H8332RFCBR 17
1613855-5 H8332RFYBR 17
1613856-1 H833K2BDBR 17
1613856-2 H833K2BDDR 17
1613856-3 H833K2BYBR 17
1613856-4 H833K2BYDR 17
1613857-1 H833K81BCBR 17
1613858-1 H833KBDBR 17
1613858-3 H833KBDDR 17
1613858-6 H833KDCBR 17
1613858-7 H833KDCDR 17
1613858-8 H833KDDBR 17
1613858-9 H833KDYBR 17
1613859-1 H833R2BDBR 17
1613859-2 H833R2DCBR 17
1613859-3 H833R2FCBR 17
1613859-5 H833R2BCBR 17
1613860-1 H833RBYAR 17
1613860-2 H833RDYAR 17
1613860-3 H833RFYAR 17
1613860-5 H8340KBDBR 17
1613861-1 H8340KFYBR 17
1613862-1 H8340RBDBR 17
1613862-2 H8340RBDDR 17
1613862-4 H8340RBYBR 17
1613863-1 H8348KDCBR 17
1613864-1 H8348RBDBR 17
1613864-2 H8348RBYBR 17
1613864-3 H8348RDCBR 17
1613865-1 H834K47BYBR 17
1613866-1 H834K8BDBR 17
1613866-2 H834K8BYBR 17
1613866-3 H834K8BYDR 17
1613866-4 H834K8CCBR 17
1613867-1 H834KBDBR 17
1613867-2 H834KBYBR 17
1613867-3 H834KBYDR 17
1613867-5 H834KBAAR 17
1613867-6 H834KBCBR 17
1613868-1 H834R8BDBR 17
1613869-1 H834RBDBR 17
1613870-1 H8357KBYBR 17
1613870-2 H8357KFYBR 17

1613871-1 H8357RBYBR 17
1613871-2 H8357RDCBR 17
1613872-1 H835K7BCBR 17
1613872-2 H835K7BYBR 17
1613872-3 H835K7BYDR 17
1613872-4 H835K7BDBR 17
1613873-1 H835KBCBR 17
1613873-2 H835K02BYB 17
1613874-1 H8360KBDBR 17
1613874-2 H8360KBDDR 17
1613874-3 H8360KCDBR 17
1613874-4 H8360KBYBR 17
1613875-1 H8360RBDBR 17
1613875-2 H8360RFYBR 17
1613875-3 H8360RDZBR 17
1613876-1 H8365KBDBR 17
1613876-2 H8365KBYBR 17
1613877-1 H8365RBDBR 17
1613877-2 H8365RBYBR 17
1613877-3 H8365RCYBR 17
1613877-4 H8365RFDBR 17
1613878-1 H836K23BYBR 17
1613879-1 H836K5BDBR 17
1613879-2 H836K5BYDR 17
1613879-3 H836K5FCBR 17
1613880-1 H836KBAAR 17
1613880-2 H836KBYBR 17
1613880-4 H836KDYBR 17
1613880-5 H836KDZBR 17
1613880-6 H836KFCBR 17
1613880-7 H836KFYBR 17
1613881-2 H836R5BDAR 17
1613882-1 H836RFCBR 17
1613882-2 H836RFYAR 17
1613882-3 H836RDZBR 17
1613883-1 H8374KBDBR 17
1613884-1 H8374RBYBR 17
1613884-2 H8374RCCBR 17
1613884-3 H8374RDCBR 17
1613885-1 H837K4BDBR 17
1613885-2 H837K4BYBR 17
1613885-3 H837K4BYDR 17
1613885-4 H837K4DCBR 17
1613886-1 H837K85BYBR 17
1613887-1 H837R4BDBR 17
1613888-1 H837R5BCBR 17
1613889-1 H8383KBDBR 17
1613889-2 H8383KCDBR 17
1613889-3 H8383KFYBR 17
1613890-1 H8383RBDBR 17
1613890-2 H8383RBYBR 17
1613891-1 H838K3BDBR 17
1613891-2 H838K3BYBR 17
1613891-3 H838K3BYDR 17
1613891-4 H838K3DCBR 17
1613891-5 H838K3FCBR 17
1613891-6 H838K3BAAR 17
1613892-1 H838KCCBR 17
1613893-2 H838R3BDAR 17
1613894-1 H8390KBCBR 17
1613894-2 H8390KBYBR 17
1613894-3 H8390KDCBR 17
1613894-4 H8390KDCDR 17
1613894-5 H8390KDZBR 17
1613894-6 H8390KFDBR 17
1613894-7 H8390KBDBR 17
1613895-1 H8390RBDBR 17
1613895-2 H8390RBZBR 17
1613895-3 H8390RDCBR 17
1613895-4 H8390RDZBR 17
1613895-5 H8390RFYBR 17
1613895-6 H8390RBYBR 17
1613895-7 H8390RDCDR 17
1613896-1 H8392KFCBR 17
1613896-2 H8392KDCBR 17
1613896-3 H8392KBDBR 17
1613897-1 H8392RBDBR 17
1613897-2 H8392RBYBR 17
1613898-1 H8395K42BYBR 17
1613899-1 H8398R4BCBR 17
1613900-1 H839K2BDBR 17
1613900-2 H839K2BDDR 17
1613900-3 H839K2BYBR 17
1613900-4 H839K2BYDR 17
1613901-1 H839K5BYBR 17
1613902-1 H839K8BYBR 17
1613903-1 H839KBDBR 17
1613903-3 H839KBYBR 17
1613903-5 H839KBZBR 17
1613903-6 H839KDCBR 17
1613903-7 H839KDZBR 17
1613903-8 H839KFCBR 17

1613904-1 H839R2BDBR 17
1613904-2 H839R2BYAR 17
1613905-1 H839RBYAR 17
1613905-2 H839RDZBR 17
1613905-3 H839RFYAR 17
1613905-4 H839RBDAR 17
1613906-1 H83K019BZBR 17
1613907-1 H83K01BDBR 17
1613907-2 H83K01BYBR 17
1613907-3 H83K01CCBR 17
1613907-4 H83K01DYBR 17
1613907-5 H83K01FCBR 17
1613907-7 H83K01FYBR 17
1613908-1 H83K09BDBR 17
1613908-2 H83K09BYBR 17
1613909-1 H83K0BDBR 17
1613909-2 H83K0BYBR 17
1613909-4 H83K0DCBR 17
1613909-5 H83K0FAAR 17
1613909-6 H83K0FCBR 17
1613909-7 H83K0FDBR 17
1613909-9 H83K0FYBR 17
1613910-1 H83K16BDBR 17
1613910-2 H83K16BYBR 17
1613910-3 H83K16DYBR 17
1613910-4 H83K16DCBR 17
1613911-1 H83K19BYBR 17
1613912-1 H83K1BYBR 17
1613913-1 H83K24BYBR 17
1613913-2 H83K24FCBR 17
1613913-3 H83K24FYBR 17
1613913-4 H83K24BCBR 17
1613913-5 H83K23BYBR 17
1613914-1 H83K32BDBR 17
1613914-2 H83K32BYBR 17
1613914-3 H83K32DCBR 17
1613914-4 H83K32DZBR 17
1613914-6 H83K32FYBR 17
1613914-8 H83K32FCCR 17
1613914-9 H83K32BDDR 17
1613915-1 H83K344BZBR 17
1613916-1 H83K3BDBR 17
1613916-2 H83K3BYBR 17
1613916-4 H83K3CYBR 17
1613916-5 H83K3DCBR 17
1613916-6 H83K3DCDR 17
1613916-7 H83K3DDBR 17
1613916-8 H83K3FDBR 17
1613917-1 H83K46BCBR 17
1613918-1 H83K48BDBR 17
1613918-2 H83K48BYBR 17
1613919-1 H83K4BDBR 17
1613919-2 H83K4BYBR 17
1613919-3 H83K4DCBR 17
1613920-1 H83K57BDBR 17
1613920-2 H83K57BYBR 17
1613920-3 H83K57FDBR 17
1613921-1 H83K61BYBR 17
1613922-1 H83K65BYBR 17
1613922-2 H83K65FCBR 17
1613923-1 H83K6BAAR 17
1613923-2 H83K6BCBR 17
1613923-3 H83K6BDBR 17
1613923-4 H83K6BYBR 17
1613923-6 H83K6BYDR 17
1613923-7 H83K6DCBR 17
1613923-8 H83K6DYBR 17
1613923-9 H83K6DZBR 17
1613924-1 H83K74BDBR 17
1613924-2 H83K74BYBR 17
1613924-4 H83K74FYBR 17
1613925-1 H83K7BAAR 17
1613926-1 H83K83BDBR 17
1613926-2 H83K83BYBR 17
1613926-4 H83K83FCBR 17
1613926-5 H83K83BYDR 17
1613927-1 H83K8BCBR 17
1613927-2 H83K8BYBR 17
1613928-1 H83K92BDBR 17
1613928-2 H83K92BDDR 17
1613928-3 H83K92BYBR 17
1613928-4 H83K92DCBR 17
1613929-1 H83K97BYBR 17
1613930-1 H83K9BDBR 17
1613930-2 H83K9BYBR 17
1613930-3 H83K9DDBR 17
1613930-4 H83K9DZBR 17
1613930-5 H83K9FAAR 17
1613930-6 H83K9FYBR 17
1613931-1 H83M1FCAR 17
1613932-1 H83M32FCAR 17
1613933-1 H83M3FCAR 17

1613933-3 H83M3DCAR 17
1613934-1 H83M57FCAR 17
1613935-1 H83M92FCAR 17
1613936-1 H83M9DCAR 17
1613937-1 H83R09FCAR 17
1613938-1 H83R16FCAR 17
1613939-1 H83R32FCAR 17
1613940-1 H83R74FCAR 17
1613941-1 H83R92FCAR 17
1613941-5 H83R9FAAR 17
1613942-1 H8400RBDBR 17
1613942-2 H8400RDZBR 17
1613942-3 H8400RBCBR 17
1613943-1 H8402KBDBR 17
1613943-2 H8402KDCBR 17
1613944-1 H8402RBDBR 17
1613944-2 H8402RBYBR 17
1613944-3 H8402RDCBR 17
1613944-4 H8402RDYBR 17
1613944-5 H8402RFAAR 17
1613944-6 H8402RFCBR 17
1613944-7 H8402RFDBR 17
1613945-1 H840K2BDBR 17
1613945-2 H840K2BYBR 17
1613945-3 H840K2BYDR 17
1613945-4 H840K2DCBR 17
1613945-5 H840K2FDBR 17
1613946-1 H840KBCBR 17
1613946-2 H840KBDBR 17
1613946-3 H840KBYBR 17
1613946-4 H840KDCBR 17
1613946-5 H840KBZBR 17
1613946-6 H840KCDBR 17
1613947-1 H840R2BDBR 17
1613947-2 H840R2BYAR 17
1613947-3 H840R2DYAR 17
1613948-1 H8412KBDBR 17
1613948-2 H8412KFCBR 17
1613949-1 H8412RBDBR 17
1613949-2 H8412RBYBR 17
1613949-3 H8412RFCBR 17
1613949-4 H8412RFYBR 17
1613950-1 H8417RAYAR 17
1613951-1 H841K2BDBR 17
1613951-2 H841K2FYBR 17
1613951-3 H841K2BYBR 17
1613951-4 H841K2FDBR 17
1613952-1 H841K69BYBR 17
1613952-5 H841R2BCBR 17
1613953-1 H8422RBYBR 17
1613953-2 H8422RDCBR 17
1613954-1 H842K2BDBR 17
1613954-2 H842K2BYBR 17
1613954-4 H842K2BYDR 17
1613955-1 H842KBAAR 17
1613956-1 H842R2BDBR 17
1613957-1 H8430KBYBR 17
1613957-2 H8430KFYBR 17
1613957-3 H8430KFYDR 17
1613958-1 H8430RDZBR 17
1613958-2 H8430RFYBR 17
1613958-3 H8430RBYBR 17
1613959-1 H8432RBDBR 17
1613959-2 H8432RBYBR 17
1613960-1 H843K2BDBR 17
1613960-2 H843K2BYBR 17
1613960-3 H843K2BYDR 17
1613960-4 H843K2BAAR 17
1613961-1 H843KBAAR 17
1613961-2 H843KBDBR 17
1613961-3 H843KBYBR 17
1613961-4 H843KFDBR 17
1613961-5 H843KFYBR 17
1613961-6 H843KDZBR 17
1613962-1 H843R2BDBR 17
1613963-1 H843RFYAR 17
1613963-2 H843RDZBR 17
1613964-1 H8442KBDBR 17
1613965-1 H8442RBCBR 17
1613965-2 H8442RBDBR 17
1613965-3 H8442RBYBR 17
1613965-4 H8442RFDBR 17
1613966-1 H8443K1BCBR 17
1613967-1 H844K2BDBR 17
1613967-2 H844K2BYBR 17
1613967-3 H844K2BYDR 17
1613968-1 H844R2FCBR 17
1613969-1 H8453KFDBR 17
1613970-1 H8453RBDBR 17
1613970-2 H8453RBYBR 17
1613970-3 H8453RBYDR 17
1613970-4 H8453RDCBR 17
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1613971-1 H845K31BCBR 17
1613972-1 H845K3BDBR 17
1613972-2 H845K3BYBR 17
1613972-3 H845K3BYDR 17
1613973-1 H845KBDBR 17
1613974-1 H845R5BCBR 17
1613975-1 H8460K2BCBR 17
1613976-1 H8464KCCBR 17
1613976-2 H8464KDCBR 17
1613976-3 H8464KBDBR 17
1613977-1 H8464RBYBR 17
1613977-2 H8464RBZBR 17
1613977-3 H8464RDZBR 17
1613978-1 H846K13BYBR 17
1613979-1 H846K4BDBR 17
1613979-2 H846K4BYBR 17
1613979-3 H846K4BYDR 17
1613979-4 H846K4DCBR 17
1613981-1 H846R9BYBR 17
1613982-1 H8470KBYBR 17
1613982-2 H8470KDCBR 17
1613982-3 H8470KFDBR 17
1613982-5 H8470KBZBR 17
1613983-1 H8470RBYBR 17
1613983-3 H8470RBYDR 17
1613983-4 H8470RDCBR 17
1613983-5 H8470RDZBR 17
1613983-7 H8470RFYBR 17
1613983-9 H8470RDCDR 17
1613984-1 H8475KDCBR 17
1613984-2 H8475KDYBR 17
1613984-3 H8475KFCBR 17
1613984-4 H8475KBDBR 17
1613985-1 H8475RBDBR 17
1613985-2 H8475RBYBR 17
1613985-3 H8475RDCBR 17
1613985-5 H8475RFDBR 17
1613986-1 H847K5BDBR 17
1613986-2 H847K5BDDR 17
1613986-3 H847K5BYBR 17
1613986-4 H847K5BYDR 17
1613986-5 H847K5DCBR 17
1613986-7 H847K5BAAR 17
1613986-8 H847K5DDBR 17
1613987-1 H847KBYBR 17
1613987-3 H847KDDBR 17
1613987-4 H847KDZBR 17
1613987-5 H847KFCBR 17
1613987-6 H847KFDBR 17
1613987-9 H847KBAAR 17
1613988-1 H847R5BDBR 17
1613988-2 H847R5BYAR 17
1613988-3 H847R5DCBR 17
1613988-4 H847R5FCBR 17
1613989-1 H847RBYAR 17
1613989-2 H847RDCBR 17
1613989-3 H847RDCDR 17
1613989-4 H847RDZBR 17
1613989-5 H847RFYAR 17
1613989-6 H847RCCBR 17
1613990-1 H8486K2BCBR 17
1613991-1 H8487KDCBR 17
1613991-2 H8487KFCBR 17
1613991-3 H8487KDDBR 17
1613992-1 H8487RBYBR 17
1613992-2 H8487RFDBR 17
1613992-4 H8487RBDBR 17
1613993-1 H848K7BDBR 17
1613993-2 H848K7BYBR 17
1613993-3 H848K7BYDR 17
1613993-4 H848K7DCBR 17
1613993-5 H848K7FCBR 17
1613994-1 H8490KBZBR 17
1613995-1 H8499KBCBR 17
1613995-2 H8499KBDBR 17
1613995-3 H8499KBZBR 17
1613995-4 H8499KDCBR 17
1613996-1 H8499RBCBR 17
1613996-2 H8499RBDBR 17
1613996-3 H8499RBYBR 17
1613996-5 H8499RDCBR 17
1613996-6 H8499RFCBR 17
1613996-7 H8499RFYBR 17
1613997-1 H849K9BAAR 17
1613997-2 H849K9BDBR 17
1613997-3 H849K9BYBR 17
1613997-5 H849K9BYDR 17
1613997-6 H849K9DCBR 17
1613997-7 H849K9DDBR 17
1613997-8 H849K9FYBR 17
1613998-1 H849R9BDBR 17
1613998-2 H849R9BYBR 17

1613998-3 H849R9BYDR 17
1613998-4 H849R9DCAR 17
1613998-5 H849R9FAAR 17
1613998-6 H849R9FCBR 17
1613998-7 H849R9FDAR 17
1613999-1 H84K02BDBR 17
1613999-2 H84K02BYBR 17
1613999-3 H84K02DCBR 17
1613999-4 H84K02FCBR 17
1614000-1 H84K08FYBR 17
1614001-1 H84K0BDBR 17
1614001-2 H84K0BYBR 17
1614001-3 H84K0BCBR 17
1614001-4 H84K0BBAR 17
1614002-1 H84K12BCBR 17
1614002-2 H84K12BDBR 17
1614002-3 H84K12BYBR 17
1614002-5 H84K12DYBR 17
1614003-1 H84K1DZBR 17
1614004-1 H84K22BDBR 17
1614004-2 H84K22BYBR 17
1614004-3 H84K22CDBR 17
1614004-4 H84K22DCBR 17
1614005-1 H84K32BDBR 17
1614005-2 H84K32BYBR 17
1614005-3 H84K32DCBR 17
1614005-4 H84K32FDBR 17
1614006-1 H84K35BDBR 17
1614007-1 H84K3BYBR 17
1614007-2 H84K3DDBR 17
1614007-3 H84K3DZBR 17
1614007-4 H84K3FCBR 17
1614007-5 H84K3FYBR 17
1614008-1 H84K42BDBR 17
1614008-2 H84K42BYBR 17
1614008-3 H84K42BYDR 17
1614008-4 H84K42DYBR 17
1614008-5 H84K42FDBR 17
1614009-1 H84K4BYBR 17
1614010-1 H84K53BDBR 17
1614010-2 H84K53BYBR 17
1614011-1 H84K64BDBR 17
1614011-2 H84K64BYBR 17
1614011-3 H84K64DCBR 17
1614012-1 H84K75BDBR 17
1614012-2 H84K75BYBR 17
1614012-3 H84K75DCBR 17
1614012-4 H84K75DYBR 17
1614013-1 H84K7BCBR 17
1614013-2 H84K7BDBR 17
1614013-3 H84K7BYBR 17
1614013-5 H84K7DCBR 17
1614013-6 H84K7DZBR 17
1614013-7 H84K7FDBR 17
1614013-9 H84K7FYBR 17
1614014-1 H84K87BDBR 17
1614014-2 H84K87BYBR 17
1614014-3 H84K87BYDR 17
1614014-4 H84K87DCBR 17
1614014-5 H84K87FDBR 17
1614015-1 H84K95BCBR 17
1614016-1 H84K99BCBR 17
1614016-2 H84K99BDBR 17
1614016-3 H84K99BYBR 17
1614016-4 H84K99BYDR 17
1614016-5 H84K99CCBR 17
1614016-6 H84K99DCBR 17
1614016-7 H84K99FYBR 17
1614016-8 H84K99FDBR 17
1614017-1 H84K9BYBR 17
1614019-1 H84R3DZAR 17
1614019-2 H84R3FYAR 17
1614020-1 H84R42FCAR 17
1614020-2 H84R42BYAR 17
1614021-1 H84R53FCAR 17
1614022-1 H84R75FCAR 17
1614023-1 H84R99FCAR 17
1614023-2 H84R99FYAR 17
1614024-1 H8500KBDBR 17
1614024-2 H8500KCDBR 17
1614024-3 H8500KFAAR 17
1614024-4 H8500KBYBR 17
1614025-1 H8500RBCBR 17
1614025-2 H8500RBDBR 17
1614025-3 H8500RBYBR 17
1614025-4 H8500RFAAR 17
1614025-6 H8500RCCBR 17
1614026-1 H850KAAAR 17
1614026-2 H850KADAR 17
1614026-3 H850KBCBR 17
1614026-4 H850KBDBR 17
1614026-5 H850KBYBR 17

1614026-6 H850KCCBR 17
1614026-7 H850KDCBR 17
1614026-8 H850KCDBR 17
1614027-1 H850R39BCBR 17
1614028-1 H850RBCBR 17
1614028-2 H850RBYBR 17
1614028-3 H850RDCBR 17
1614028-5 H850RBDBR 17
1614029-2 H8510KBDDR 17
1614029-3 H8510KBYBR 17
1614029-5 H8510KFDBR 17
1614029-6 H8510KFYBR 17
1614030-1 H8510RBYBR 17
1614030-2 H8510RDZBR 17
1614030-3 H8510RFYBR 17
1614030-4 H8510RDCBR 17
1614031-1 H8511KBDBR 17
1614031-3 H8511KDCBR 17
1614031-4 H8511KFCBR 17
1614031-5 H8511KDDBR 17
1614032-1 H8511RBDBR 17
1614032-2 H8511RBYBR 17
1614032-3 H8511RDCBR 17
1614032-4 H8511RFCBR 17
1614033-1 H851K1BCBR 17
1614033-2 H851K1BDBR 17
1614033-3 H851K1BYBR 17
1614033-4 H851K1BYDR 17
1614033-5 H851K1DCBR 17
1614033-6 H851K1FCBR 17
1614034-1 H851KBDBR 17
1614034-2 H851KBYBR 17
1614034-4 H851KDYBR 17
1614034-5 H851KDZBR 17
1614034-6 H851KFDBR 17
1614034-8 H851KFYBR 17
1614034-9 H851KFYDR 17
1614035-1 H851R1BDBR 17
1614035-2 H851R1BYBR 17
1614035-3 H851R1FCBR 17
1614036-1 H851RBYBR 17
1614036-2 H851RDYBR 17
1614036-4 H851RFYBR 17
1614036-6 H851RDZBR 17
1614037-1 H8523KBDBR 17
1614037-2 H8523KDCBR 17
1614037-3 H8523KFCBR 17
1614038-1 H8523RBDBR 17
1614038-2 H8523RBYBR 17
1614038-3 H8523RDCBR 17
1614039-1 H8526R3BYBR 17
1614040-1 H852K3BDBR 17
1614040-2 H852K3BYBR 17
1614040-3 H852K3BYDR 17
1614040-4 H852K3DCBR 17
1614041-1 H852R3BYBR 17
1614041-2 H852R3BDBR 17
1614042-1 H8536KBDBR 17
1614042-2 H8536KDCBR 17
1614042-3 H8536KDDBR 17
1614043-1 H8536RBDBR 17
1614043-2 H8536RFCBR 17
1614043-3 H8536RBYBR 17
1614044-1 H853K33BYBR 17
1614045-1 H853K6BDBR 17
1614045-2 H853K6BYBR 17
1614045-3 H853K6BYDR 17
1614046-1 H853R6BDBR 17
1614047-1 H8540RBYBR 17
1614048-1 H8549KBDBR 17
1614048-2 H8549KDCBR 17
1614048-3 H8549KFCBR 17
1614049-1 H8549RBDBR 17
1614049-2 H8549RBYBR 17
1614050-1 H854K6DCBR 17
1614051-1 H854K9BYBR 17
1614051-3 H854K9BYDR 17
1614051-4 H854K9DCBR 17
1614052-1 H854R9BYBR 17
1614052-2 H854R9FCBR 17
1614052-3 H854R9BDBR 17
1614053-1 H855K6DCBR 17
1614054-1 H855R5BDBR 17
1614055-1 H8560KBYBR 17
1614055-2 H8560KBZBR 17
1614056-2 H8560RBYBR 17
1614056-3 H8560RBYDR 17
1614056-4 H8560RDCBR 17
1614056-5 H8560RDZBR 17
1614056-6 H8560RFBAR 17
1614056-7 H8560RFDBR 17
1614056-8 H8560RFYBR 17

1614057-1 H8562KBDBR 17
1614057-2 H8562KBDDR 17
1614057-3 H8562KDZBR 17
1614057-4 H8562KFCBR 17
1614058-1 H8562RBDBR 17
1614058-2 H8562RBYBR 17
1614058-3 H8562RDCBR 17
1614058-4 H8562RFDBR 17
1614059-1 H856K07BYBR 17
1614060-1 H856K2BAAR 17
1614060-2 H856K2BDBR 17
1614060-3 H856K2BDDR 17
1614060-4 H856K2BYBR 17
1614060-5 H856K2BYDR 17
1614061-1 H856KBYBR 17
1614061-3 H856KDCBR 17
1614061-4 H856KDZBR 17
1614061-5 H856KFDBR 17
1614061-6 H856KFYBR 17
1614061-7 H856KBDBR 17
1614062-1 H856R2BDBR 17
1614062-2 H856R2BYBR 17
1614063-1 H856R7BCBR 17
1614063-2 H856RBYAR 17
1614063-3 H856RCDBR 17
1614064-1 H856RDZBR 17
1614064-2 H856RFYBR 17
1614065-1 H8576KDYBR 17
1614066-1 H8576RBDBR 17
1614066-2 H8576RBYBR 17
1614066-3 H8576RDCBR 17
1614067-1 H857K553BAAR 17
1614068-1 H857K6BDBR 17
1614068-2 H857K6BYBR 17
1614068-3 H857K6BYDR 17
1614069-1 H857R6BDBR 17
1614069-2 H857R6BYBR 17
1614070-1 H8584K1BCBR 17
1614071-1 H8590KBYBR 17
1614071-3 H8590KFCBR 17
1614072-1 H8590RBDBR 17
1614072-2 H8590RBYBR 17
1614072-3 H8590RDCBR 17
1614073-1 H859KBDBR 17
1614073-2 H859KBYBR 17
1614073-4 H859KBYDR 17
1614073-5 H859KCDBR 17
1614074-1 H859RBYBR 17
1614075-1 H85K0BCBR 17
1614075-2 H85K0BDBR 17
1614075-3 H85K0BYBR 17
1614075-4 H85K0DCBR 17
1614076-1 H85K11BCBR 17
1614076-2 H85K11BDBR 17
1614076-3 H85K11BYBR 17
1614076-4 H85K11BYDR 17
1614076-5 H85K11DCBR 17
1614076-6 H85K11FCBR 17
1614076-7 H85K11FDBR 17
1614077-1 H85K1BDDR 17
1614077-2 H85K1BYBR 17
1614077-4 H85K1BYDR 17
1614077-5 H85K1FDBR 17
1614077-7 H85K1FYBR 17
1614077-8 H85K1FYDR 17
1614078-1 H85K23BDBR 17
1614078-3 H85K23BYBR 17
1614078-4 H85K23CDBR 17
1614078-5 H85K23FCBR 17
1614078-6 H85K23FDBR 17
1614079-1 H85K36BYBR 17
1614079-2 H85K36FCBR 17
1614079-3 H85K36FYBR 17
1614079-4 H85K36FDBR 17
1614080-1 H85K42BYBR 17
1614081-1 H85K49BDBR 17
1614081-2 H85K49BYBR 17
1614081-3 H85K49BCBR 17
1614081-4 H85K49FDBR 17
1614082-1 H85K5DZBR 17
1614083-1 H85K62BDBR 17
1614083-2 H85K62BDDR 17
1614083-3 H85K62BYBR 17
1614083-4 H85K62DCBR 17
1614083-5 H85K62DYBR 17
1614083-6 H85K62DZBR 17
1614083-7 H85K62FDBR 17
1614084-1 H85K6BDBR 17
1614084-2 H85K6BYBR 17
1614084-4 H85K6BYDR 17
1614084-5 H85K6DCBR 17
1614084-6 H85K6DZBR 17
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1614084-7 H85K6FDBR 17
1614084-9 H85K6FYBR 17
1614085-1 H85K76BDBR 17
1614085-2 H85K76BYBR 17
1614085-3 H85K76DCBR 17
1614085-4 H85K76FDBR 17
1614086-1 H85K8DCBR 17
1614087-1 H85K926BZBR 17
1614087-3 H85K93BYDR 17
1614088-1 H85K9BDBR 17
1614088-2 H85K9BYBR 17
1614088-3 H85K9DCBR 17
1614088-4 H85K9FDBR 17
1614089-1 H85R11FCAR 17
1614090-1 H85R23FCAR 17
1614091-1 H85R36FCAR 17
1614092-1 H85R49FCAR 17
1614093-1 H85R62DCBR 17
1614093-2 H85R62FCAR 17
1614093-3 H85R62BYAR 17
1614094-1 H85R76FCAR 17
1614095-1 H85R9FCAR 17
1614096-2 H8600KBYBR 17
1614097-1 H8600RDCBR 17
1614098-1 H8604KBDBR 17
1614098-2 H8604KBYBR 17
1614098-3 H8604KFCBR 17
1614098-4 H8604KDCBR 17
1614099-1 H8604RBDBR 17
1614099-2 H8604RBYBR 17
1614099-4 H8604RDCBR 17
1614100-1 H860K4BDBR 17
1614100-2 H860K4BYBR 17
1614100-3 H860K4BYDR 17
1614100-4 H860K4DCBR 17
1614101-1 H860K8BDBR 17
1614102-1 H860KBCBR 17
1614102-2 H860KBDBR 17
1614102-3 H860KFCBR 17
1614103-1 H860R4BDBR 17
1614103-2 H860R4BYBR 17
1614103-3 H860R4DCBR 17
1614103-4 H860RCDBR 17
1614104-1 H8619KFCBR 17
1614104-2 H8619KBDBR 17
1614105-1 H8619RBCBR 17
1614105-2 H8619RBDBR 17
1614105-3 H8619RBYBR 17
1614105-5 H8619RDCBR 17
1614106-1 H861K9BDBR 17
1614106-2 H861K9BYBR 17
1614106-3 H861K9DCBR 17
1614106-4 H861K9FCBR 17
1614107-1 H861R9BDBR 17
1614107-2 H861R9BYBR 17
1614108-1 H8620KBDBR 17
1614108-2 H8620KFDBR 17
1614109-1 H8620RBYBR 17
1614109-3 H8620RDZBR 17
1614109-4 H8620RFYBR 17
1614110-1 H8623KBCBR 17
1614111-1 H862K3BCBR 17
1614112-1 H862K8DCBR 17
1614113-1 H862K954BAAR 17
1614114-1 H862KBDDR 17
1614114-2 H862KBYBR 17
1614114-4 H862KBZBR 17
1614114-5 H862KDYBR 17
1614114-6 H862KDZBR 17
1614114-7 H862KFCBR 17
1614114-8 H862KFYBR 17
1614115-1 H862RBYBR 17
1614115-2 H862RFYBR 17
1614115-4 H862RDZBR 17
1614116-1 H8631RDZBR 17
1614117-1 H8634KBDBR 17
1614118-1 H8634RBDBR 17
1614118-2 H8634RBYBR 17
1614119-1 H863K4BDBR 17
1614119-2 H863K4BYBR 17
1614119-3 H863K4BYDR 17
1614121-1 H863KAYBR 17
1614122-1 H863R4BDBR 17
1614122-2 H863R4BYBR 17
1614123-1 H8640KBYBR 17
1614124-1 H8649KBDBR 17
1614124-2 H8649KDCBR 17
1614124-3 H8649KFCBR 17
1614125-1 H8649RBDBR 17
1614125-2 H8649RBYBR 17
1614125-3 H8649RDCBR 17
1614125-4 H8649RFCBR 17

1614126-1 H864K9BDBR 17
1614126-2 H864K9BYBR 17
1614126-3 H864K9BYDR 17
1614126-4 H864K9CCBR 17
1614126-5 H864K9FCBR 17
1614127-1 H864KBDBR 17
1614127-2 H864KDCBR 17
1614128-1 H864R9BDBR 17
1614128-2 H864R9BYBR 17
1614128-3 H8650RBYBR 17
1614129-1 H865K5BCBR 17
1614130-1 H8665KDCBR 17
1614131-1 H8665RBCBR 17
1614131-2 H8665RBDBR 17
1614131-3 H8665RBYBR 17
1614131-4 H8665RDCBR 17
1614132-1 H866K5BYBR 17
1614132-2 H866K5FYBR 17
1614133-1 H866K6BDBR 17
1614134-1 H866K75DCBR 17
1614135-1 H8680KBDBR 17
1614135-2 H8680KBYBR 17
1614135-3 H8680KDZBR 17
1614136-1 H8680RBCBR 17
1614136-2 H8680RBYBR 17
1614136-4 H8680RDZBR 17
1614136-6 H8680RFYBR 17
1614136-8 H8680RCDBR 17
1614137-1 H8681KBYBR 17
1614138-1 H8681RBDBR 17
1614138-2 H8681RBYBR 17
1614138-3 H8681RDCBR 17
1614138-4 H8681RFCBR 17
1614138-5 H8681RFDBR 17
1614139-1 H868K1BDBR 17
1614139-2 H868K1BYBR 17
1614139-3 H868K1BYDR 17
1614139-4 H868K1DCBR 17
1614139-5 H868K1FYBR 17
1614139-6 H868K1FDBR 17
1614140-1 H868KBAAR 17
1614140-2 H868KBDDR 17
1614140-3 H868KBYBR 17
1614140-4 H868KDCBR 17
1614140-5 H868KDZBR 17
1614140-6 H868KFDBR 17
1614140-8 H868KFYBR 17
1614141-1 H868R1BDBR 17
1614141-2 H868R1BYBR 17
1614141-3 H868R1DYBR 17
1614141-4 H868R1FCBR 17
1614142-1 H868RBYBR 17
1614142-2 H868RBZBR 17
1614142-3 H868RDZBR 17
1614142-4 H868RFYBR 17
1614142-6 H868RCDBR 17
1614143-1 H8698KBDBR 17
1614144-1 H8698RBCBR 17
1614144-2 H8698RBDBR 17
1614144-3 H8698RBYBR 17
1614144-4 H8698RFDBR 17
1614145-1 H869K8BDBR 17
1614145-2 H869K8BYBR 17
1614145-3 H869K8BYDR 17
1614146-1 H869R8BDBR 17
1614146-2 H869R8BYBR 17
1614147-1 H86K04BDBR 17
1614147-2 H86K04BYBR 17
1614147-3 H86K04CCBR 17
1614147-4 H86K04FDBR 17
1614148-1 H86K0BYBR 17
1614148-2 H86K0CCBR 17
1614148-3 H86K0BDBR 17
1614148-4 H86K0CDBR 17
1614149-1 H86K19BDBR 17
1614149-2 H86K19BYBR 17
1614149-3 H86K19FCBR 17
1614149-4 H86K19FDBR 17
1614150-1 H86K26BYBR 17
1614150-2 H86K26BDBR 17
1614151-1 H86K2BCBR 17
1614151-2 H86K2BYBR 17
1614151-5 H86K2DZBR 17
1614151-6 H86K2FDBR 17
1614151-8 H86K2FYBR 17
1614151-9 H86K2FYDR 17
1614152-1 H86K34BDBR 17
1614152-2 H86K34BYBR 17
1614152-3 H86K34FDBR 17
1614153-1 H86K3DCBR 17
1614154-1 H86K49BDBR 17
1614154-2 H86K49BYBR 17

1614154-4 H86K49FCBR 17
1614154-5 H86K49FDBR 17
1614155-1 H86K4BCBR 17
1614155-2 H86K4BYBR 17
1614156-1 H86K65BCBR 17
1614156-2 H86K65BDBR 17
1614156-4 H86K65BYBR 17
1614156-6 H86K65FCBR 17
1614156-8 H86K65FDBR 17
1614157-1 H86K81BDBR 17
1614157-2 H86K81BDDR 17
1614157-3 H86K81BYBR 17
1614157-4 H86K81CDBR 17
1614157-5 H86K81DZBR 17
1614157-7 H86K81FCBR 17
1614157-8 H86K81FYBR 17
1614157-9 H86K81FDBR 17
1614158-1 H86K8BDBR 17
1614158-2 H86K8BYBR 17
1614158-4 H86K8DCBR 17
1614158-5 H86K8DDBR 17
1614158-6 H86K8DZBR 17
1614158-7 H86K8FAAR 17
1614158-8 H86K8FDBR 17
1614159-1 H86K92DCBR 17
1614160-1 H86K98BYBR 17
1614160-2 H86K98BDBR 17
1614160-3 H86K98BYDR 17
1614160-4 H86K98FDBR 17
1614161-1 H86R04FCAR 17
1614162-1 H86R19FCAR 17
1614163-1 H86R34FCAR 17
1614164-1 H86R49FCAR 17
1614165-1 H86R65FCAR 17
1614166-1 H86R81FCAR 17
1614166-2 H86R81BYAR 17
1614167-1 H86R98FCAR 17
1614168-1 H86R9DCAR 17
1614170-1 H8715KDCBR 17
1614171-1 H8715RBBAR 17
1614171-2 H8715RBDBR 17
1614171-3 H8715RBYBR 17
1614171-4 H8715RDCBR 17
1614171-6 H8715RFDBR 17
1614172-1 H871K5BDBR 17
1614172-2 H871K5BYDR 17
1614172-3 H871K5FCBR 17
1614173-1 H871R5BDBR 17
1614173-2 H871R5BYBR 17
1614173-3 H871R5FCBR 17
1614174-1 H8732RFCBR 17
1614174-3 H8732RBYBR 17
1614174-4 H8732RFDBR 17
1614175-1 H873K114BAAR 17
1614176-1 H873K2BYBR 17
1614176-2 H873K2BYDR 17
1614176-3 H873K2BDBR 17
1614177-1 H873R2BDBR 17
1614177-2 H873R2BYBR 17
1614178-1 H874K4BDBR 17
1614179-1 H874K636BAAR 17
1614180-1 H8750KBDBR 17
1614180-2 H8750KDCBR 17
1614180-3 H8750KFCBR 17
1614181-1 H8750RBCBR 17
1614181-2 H8750RBDBR 17
1614181-3 H8750RBYBR 17
1614181-4 H8750RCCBR 17
1614181-5 H8750RDCBR 17
1614181-6 H8750RDZBR 17
1614181-7 H8750RFYBR 17
1614181-8 H8750RFDBR 17
1614182-1 H875K2BAAR 17
1614183-1 H875KBCBR 17
1614183-2 H875KBDBR 17
1614183-3 H875KBYBR 17
1614183-5 H875KBYDR 17
1614183-6 H875KBZBR 17
1614183-7 H875KCCBR 17
1614183-8 H875KDCBR 17
1614183-9 H875KFYDR 17
1614184-1 H875RBCBR 17
1614184-2 H875RBDBR 17
1614184-3 H875RBYBR 17
1614184-4 H875RBZBR 17
1614184-5 H875RDCBR 17
1614184-6 H875RFDBR 17
1614184-7 H875RFYBR 17
1614184-8 H875RDZBR 17
1614185-1 H8768KBDBR 17
1614186-1 H876K8BYBR 17
1614186-2 H876K8BYDR 17

1614187-1 H876R5BCBR 17
1614188-1 H876R8BDBR 17
1614188-2 H876R8BYBR 17
1614189-1 H8787RBDBR 17
1614189-2 H8787RBYBR 17
1614189-3 H8787RDCBR 17
1614189-4 H8787RFCBR 17
1614189-5 H8787RFDBR 17
1614190-1 H878K7BDBR 17
1614190-2 H878K7BYBR 17
1614190-3 H878K7DDBR 17
1614190-4 H878K7FCBR 17
1614191-1 H878R28BYBR 17
1614192-1 H878R7BDBR 17
1614192-2 H878R7BYBR 17
1614192-3 H878R7DCBR 17
1614193-1 H87K026BYBR 17
1614194-1 H87K15BDBR 17
1614194-2 H87K15BYBR 17
1614194-3 H87K15FCBR 17
1614194-4 H87K15FDBR 17
1614195-1 H87K1BYBR 17
1614196-1 H87K23BDBR 17
1614197-1 H87K32BDBR 17
1614197-2 H87K32BYBR 17
1614198-1 H87K5BDBR 17
1614198-2 H87K5BDDR 17
1614198-3 H87K5BYBR 17
1614198-5 H87K5DCBR 17
1614198-6 H87K5DYBR 17
1614198-7 H87K5DZBR 17
1614198-8 H87K5FDBR 17
1614198-9 H87K5FYBR 17
1614199-1 H87K68BDBR 17
1614199-2 H87K68FCBR 17
1614199-4 H87K68BYBR 17
1614200-1 H87K87BCBR 17
1614200-2 H87K87BDBR 17
1614200-3 H87K87BYBR 17
1614200-4 H87K87DCBR 17
1614200-5 H87K87FCBR 17
1614201-1 H87K95BYBR 17
1614202-1 H87R15FCBR 17
1614203-1 H87R32FCAR 17
1614204-1 H87R68FCAR 17
1614205-1 H87R87FCAR 17
1614206-1 H8800KBYBR 17
1614207-1 H8806RBDBR 17
1614207-2 H8806RBYBR 17
1614208-1 H880K6BDBR 17
1614208-2 H880K6BYBR 17
1614208-3 H880K6BYDR 17
1614208-4 H880K6DCBR 17
1614208-5 H880K6FBAR 17
1614208-6 H880KCDBR 17
1614209-1 H880R6BDBR 17
1614209-2 H880R6BYBR 17
1614210-1 H8820KBYBR 17
1614210-2 H8820KFDBR 17
1614210-4 H8820RBYBR 17
1614211-2 H8820RDZBR 17
1614211-3 H8820RFDBR 17
1614211-4 H8820RFYBR 17
1614211-6 H8820RCDBR 17
1614212-1 H8825KBDBR 17
1614213-1 H8825RBDBR 17
1614213-2 H8825RDCBR 17
1614213-3 H8825RDZBR 17
1614213-4 H8825RFDBR 17
1614213-6 H8825RBYBR 17
1614214-1 H882K5BDBR 17
1614214-2 H882K5BYBR 17
1614214-3 H882K5FCBR 17
1614215-1 H882KBYBR 17
1614215-3 H882KBZBR 17
1614215-5 H882KFYBR 17
1614215-7 H882KDZBR 17
1614215-8 H882KBDBR 17
1614215-9 H882KBDDR 17
1614216-1 H882R1DCBR 17
1614217-1 H882R5BDBR 17
1614217-2 H882R5BYBR 17
1614217-4 H882R5FCBR 17
1614217-5 H882R5FYBR 17
1614218-1 H882RBCBR 17
1614218-2 H882RBYBR 17
1614218-3 H882RDZBR 17
1614218-4 H882RFYBR 17
1614219-1 H883KBCBR 17
1614220-1 H883R3BCBR 17
1614221-1 H8845RBDBR 17
1614221-2 H8845RBYBR 17
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1614221-4 H8845RFDBR 17
1614222-1 H884K123BAAR 17
1614223-1 H884K5BDBR 17
1614223-2 H884K5BYDR 17
1614223-3 H884K5BYBR 17
1614224-1 H884KBAAR 17
1614225-1 H884R5BYBR 17
1614225-2 H884R5BYDR 17
1614226-1 H8866KDCBR 17
1614226-2 H8866KBDBR 17
1614227-1 H8866RBDBR 17
1614227-2 H8866RBYBR 17
1614227-3 H8866RDCBR 17
1614227-4 H8866RFCBR 17
1614228-1 H886K6BYBR 17
1614228-2 H886K6BYDR 17
1614228-3 H886K6FCBR 17
1614229-1 H886K719BAAR 17
1614230-1 H886R6FYBR 17
1614231-1 H886RBYBR 17
1614232-1 H8887RBDBR 17
1614232-2 H8887RBYBR 17
1614232-3 H8887RFDBR 17
1614233-1 H888K7BDBR 17
1614233-2 H888K7BYBR 17
1614233-3 H888K7BYDR 17
1614234-1 H888K911BAAR 17
1614235-1 H888R7BYBR 17
1614236-1 H8891RBCBR 17
1614236-2 H8890RFCBR 17
1614237-1 H889K5BAAR 17
1614238-1 H88K06BDBR 17
1614238-3 H88K06BYBR 17
1614238-4 H88K06FCBR 17
1614239-1 H88K0BDBR 17
1614239-2 H88K0FCBR 17
1614239-3 H88K0CDBR 17
1614240-1 H88K25BDBR 17
1614240-2 H88K25BDDR 17
1614240-3 H88K25BYBR 17
1614240-4 H88K25BYDR 17
1614240-5 H88K25DDBR 17
1614240-6 H88K25FCBR 17
1614240-7 H88K25FDBR 17
1614241-1 H88K2BDBR 17
1614241-2 H88K2BDDR 17
1614241-3 H88K2BYBR 17
1614241-4 H88K2FDBR 17
1614241-6 H88K2FYBR 17
1614241-8 H88K2DZBR 17
1614242-1 H88K35BYBR 17
1614242-2 H88K38DCBR 17
1614243-1 H88K45BDBR 17
1614243-2 H88K45BYBR 17
1614243-4 H88K45DZBR 17
1614243-5 H88K45FCBR 17
1614243-6 H88K45FDBR 17
1614244-1 H88K66BYBR 17
1614244-2 H88K66BZBR 17
1614244-3 H88K66BDBR 17
1614244-4 H88K66FDBR 17
1614245-1 H88K6BYBR 17
1614246-1 H88K772BZBR 17
1614247-1 H88K87BDBR 17
1614247-2 H88K87BYBR 17
1614248-1 H88K98DCBR 17
1614249-1 H88R06FCAR 17
1614250-1 H88R25FCAR 17
1614251-1 H88R45FCBR 17
1614252-1 H88R66FCAR 17
1614253-1 H88R6DCAR 17
1614253-2 H88R6FCAR 17
1614254-1 H88R87FCAR 17
1614255-1 H8900RBDBR 17
1614255-2 H8900RBYBR 17
1614255-3 H8900RFCBR 17
1614256-1 H8909KBDBR 17
1614256-2 H8909KDCBR 17
1614257-1 H8909RBDBR 17
1614257-2 H8909RBYBR 17
1614257-3 H8909RDCBR 17
1614257-4 H8909RFYBR 17
1614258-1 H890K9BDBR 17
1614258-2 H890K9BYBR 17
1614258-3 H890K9BYDR 17
1614258-4 H890K9DCBR 17
1614258-5 H890K9FCBR 17
1614259-1 H890KBCBR 17
1614259-2 H890KBDBR 17
1614260-1 H890R9BCBR 17
1614260-2 H890R9BDBR 17
1614260-3 H890R9BYBR 17

1614261-1 H8910KBZBR 17
1614261-2 H8910KFDBR 17
1614262-1 H8910RBDBR 17
1614262-2 H8910RBYDR 17
1614262-3 H8910RDZBR 17
1614262-4 H8910RFYBR 17
1614263-1 H891K843BAAR 17
1614264-1 H891KBDBR 17
1614264-2 H891KBYBR 17
1614264-4 H891KFCBR 17
1614264-5 H891KFDBR 17
1614264-7 H891KFYDR 17
1614264-8 H891KDZBR 17
1614265-1 H891RFYBR 17
1614266-1 H8931RBDBR 17
1614266-2 H8931RBYBR 17
1614266-3 H8931RFDBR 17
1614267-1 H893K1BYBR 17
1614267-3 H893K1BYDR 17
1614268-1 H893R1BDBR 17
1614268-2 H893R1BYBR 17
1614268-3 H893R1BYDR 17
1614268-4 H893R1CCBR 17
1614269-1 H893R8BCBR 17
1614270-1 H894K2DCBR 17
1614271-1 H8953RBCBR 17
1614271-2 H8953RBDBR 17
1614271-3 H8953RBYBR 17
1614271-4 H8953RFCBR 17
1614272-1 H895K3BDBR 17
1614272-2 H895K3BYBR 17
1614272-3 H895K3BYDR 17
1614272-4 H895K3DCBR 17
1614272-5 H895K3DYBR 17
1614272-6 H895K3FCBR 17
1614273-1 H895K6DCBR 17
1614274-1 H895R3BDBR 17
1614274-2 H895R3BYBR 17
1614274-3 H895R3FCBR 17
1614275-1 H896R21BYBR 17
1614276-1 H8976KBDBR 17
1614276-2 H8976KDCBR 17
1614277-1 H8976RBDBR 17
1614277-2 H8976RBYBR 17
1614278-1 H897K5BCBR 17
1614279-1 H897K6BDBR 17
1614279-2 H897K6BYBR 17
1614279-3 H897K6BYDR 17
1614279-4 H897K6DCBR 17
1614280-1 H897R12BDBR 17
1614281-1 H897R6BDBR 17
1614281-2 H897R6BYBR 17
1614282-1 H897R84BDBR 17
1614283-1 H898R43BDBR 17
1614284-1 H898R9BDBR 17
1614285-1 H8990KBYBR 17
1614285-2 H899KBDBR 17
1614286-1 H899R35BDBR 17
1614287-1 H899R66BDBR 17
1614288-1 H899R88BDBR 17
1614289-1 H89K09BCBR 17
1614289-2 H89K09BDBR 17
1614289-3 H89K09BYBR 17
1614289-4 H89K09BYDR 17
1614289-5 H89K09FCBR 17
1614289-7 H89K09FYBR 17
1614290-1 H89K0BCBR 17
1614290-2 H89K0BYBR 17
1614291-1 H89K1BCBR 17
1614291-2 H89K1BDBR 17
1614291-3 H89K1BYBR 17
1614291-5 H89K1DZBR 17
1614291-6 H89K1FDBR 17
1614291-9 H89K1FYBR 17
1614292-1 H89K31BDBR 17
1614292-2 H89K31BYBR 17
1614292-3 H89K31FCBR 17
1614293-1 H89K53BDBR 17
1614293-2 H89K53BYBR 17
1614293-3 H89K53FCBR 17
1614293-4 H89K53FDBR 17
1614294-1 H89K75BCBR 17
1614295-1 H89K76BDBR 17
1614295-2 H89K76BYBR 17
1614296-1 H89K88BYBR 17
1614297-1 H89K90BCBR 17
1614298-1 H89K95BYBR 17
1614299-1 H89K97BYBR 17
1614300-1 H89K9BAAR 17
1614300-2 H89K9BCBR 17
1614301-1 H89R09FCAR 17
1614302-1 H89R0CCAR 17

1614303-1 H89R31FCAR 17
1614304-1 H89R53FCAR 17
1614305-1 H89R76FCAR 17
1614305-2 H89R76BYAR 17
1614306-1 H8N100RDCAR 17
1614306-2 H8N100RFYAR 17
1614306-3 H8N100RFZAR 17
1614307-1 H8N10RFYAR 17
1614308-1 H8N150RDYAR 17
1614309-1 H8N16R7FZAR 17
1614310-1 H8N1K0FYAR 17
1614311-1 H8N22RDZAR 17
1614312-1 H8N23R7DCAR 17
1614313-1 H8N247RFZAR 17
1614314-1 H8N360RFZAR 17
1614315-1 H8N50RFZAR 17
1614316-1 H8N61R1FZAR 17
1614317-1 H8N71R2FZAR 17
1614318-1 H8N71R5FZAR 17
1614319-1 H8N75RDYAR 17
1614319-2 H8N75RFCBR 17
1614319-3 H8N75RFZAR 17
1614320-1 H8N790RFZAR 17
1614349-1 RN73C1J10KBTD 6
1614349-2 RN73C1J100RBTG 6
1614349-3 RN73C1J102RBTG 6
1614349-4 RN73C1J105RBTG 6
1614349-5 RN73C1J107RBTG 6
1614349-6 RN73C1J10K2BTG 6
1614349-7 RN73C1J10K5BTG 6
1614349-8 RN73C1J10K7BTG 6
1614349-9 RN73C1J10KBTG 6
1614350-1 RN73C1J10RBTD 6
1614350-2 RN73C1J10RBTG 6
1614350-3 RN73C1J110RBTG 6
1614350-4 RN73C1J113RBTG 6
1614350-5 RN73C1J115RBTG 6
1614350-6 RN73C1J118RBTG 6
1614350-7 RN73C1J11K3BTG 6
1614350-8 RN73C1J11K5BTG 6
1614350-9 RN73C1J11K8BTG 6
1614351-1 RN73C1J1K65BTD 6
1614351-2 RN73C1J1K62BTG 6
1614351-3 RN73C1J1K5BTG 6
1614351-4 RN73C1J1K58BTG 6
1614351-5 RN73C1J1K54BTG 6
1614351-6 RN73C1J1K4BTG 6
1614351-7 RN73C1J1K47BTG 6
1614351-8 RN73C1J1K43BTG 6
1614351-9 RN73C1J1K3BTG 6
1614352-1 RN73C1J20KBTD 6
1614352-2 RN73C1J20KBTG 6
1614352-3 RN73C1J20R5BTG 6
1614352-4 RN73C1J20RBTG 6
1614352-5 RN73C1J210RBTG 6
1614352-6 RN73C1J215RBTG 6
1614352-7 RN73C1J21K5BTG 6
1614352-8 RN73C1J21KBTG 6
1614352-9 RN73C1J21R5BTG 6
1614353-1 RN73C1J2K0BTD 6
1614353-2 RN73C1J2K26BTG 6
1614353-3 RN73C1J2K32BTG 6
1614353-4 RN73C1J2K37BTG 6
1614353-5 RN73C1J2K43BTG 6
1614353-6 RN73C1J2K49BTG 6
1614353-7 RN73C1J2K55BTG 6
1614353-8 RN73C1J2K61BTG 6
1614353-9 RN73C1J2K67BTG 6
1614354-1 RN73C1J3K01BTD 6
1614354-2 RN73C1J4K22BTG 6
1614354-3 RN73C1J4K32BTG 6
1614354-4 RN73C1J4K42BTG 6
1614354-5 RN73C1J4K53BTG 6
1614354-6 RN73C1J4K64BTG 6
1614354-7 RN73C1J4K75BTG 6
1614354-8 RN73C1J4K87BTG 6
1614354-9 RN73C1J4K99BTG 6
1614379-2 RN73C2A120RBTDF 6
1614464-2 RN73C2A1K8BTDF 6
1614477-1 H8146K175BAAR 17
1614555-1 RN73C2A3K3BTG 6
1614707-2 RN73C2B107KBTDF 6
1614707-3 RN73C2B10K5BTDF 6
1614707-4 RN73C2B110KBTDF 6
1614707-5 RN73C2B12K4BTDF 6
1614707-6 RN73C2B143KBTDF 6
1614707-7 RN7C2B100RBTD 6
1614707-8 RN73C2B10KBTDF 6
1614707-9 RN73C2B2K21BTDF 6
1614708-1 RN73C2B47KBTD 6
1614722-5 CPF1206B10KE 10
1614722-6 CPF1206B10RE 10

1614759-1 RN73F1J100KBTDF 6
1614759-2 RN73F1J100KBTD 6
1614760-1 RN73F1J100RBTDF 6
1614760-2 RN73F1J100RBTD 6
1614761-1 RN73F1J10KBTDF 6
1614761-2 RN73F1J10KBTD 6
1614762-1 RN73F1J10RBTDF 6
1614763-1 RN73F1J120RBTDF 6
1614763-2 RN73F1J120RBTD 6
1614764-1 RN73F1J150RBTDF 6
1614764-2 RN73F1J150RBTD 6
1614765-1 RN73F1J15KBTDF 6
1614765-2 RN73F1J15KBTD 6
1614766-1 RN73F1J15RBTDF 6
1614766-2 RN73G1J15RBTD 6
1614767-1 RN73F1J180RBTDF 6
1614767-2 RN73G1J180RBTD 6
1614768-1 RN73F1J1K0BTDF 6
1614768-2 RN73F1J1K0BTD 6
1614769-1 RN73F1J1K5BTDF 6
1614769-2 RN73F1J1K5BTD 6
1614770-1 BDS2A250100KK 76
1614770-2 BDS2A250100RK 76
1614770-3 BDS2A25010KK 76
1614770-4 BDS2A25010RK 76
1614770-5 BDS2A250120KF 76
1614770-6 BDS2A250132KK 76
1614770-7 BDS2A25014RK 76
1614770-8 BDS2A250150RK 76
1614770-9 BDS2A25015RK 76
1614782-1 BDS2A100100RK 74
1614782-2 BDS2A10010KK 74
1614782-3 BDS2A10010RK 74
1614782-4 BDS2A100150RK 74
1614782-5 BDS2A10015RK 74
1614782-6 BDS2A1001K0K 74
1614782-7 BDS2A1001R0K 74
1614782-8 BDS2A100220RK 74
1614782-9 BDS2A10022RK 74
1614783-2 BDS4B1001R0K 74
1614783-3 BDS4B100R47K 74
1614783-4 BDS4B100100RK 74
1614784-1 BDS4D100100KK 74
1614784-2 BDS4D10022RK 74
1614784-3 BDS4D10015RK 74
1614785-1 BDS4E10022RK 74
1614785-2 BDS4E1004K7K 74
1614786-1 BDS4F100100KK 74
1614786-2 BDS4F1008K0K 74
1614789-1 RN73F1J220RBTDF 6
1614789-2 RN73F1J220RBTD 6
1614790-1 RN73F1J22KBTDF 6
1614790-2 RN73F1J22KBTD 6
1614791-1 RN73F1J22RBTDF 6
1614791-2 RN73F1J22RBTD 6
1614792-1 RN73F1J2K2BTDF 6
1614792-2 RN73F1J2K2BTD 6
1614793-1 RN73F1J330RBTDF 6
1614793-2 RN73F1J330RBTD 6
1614794-1 RN73F1J33KBTDF 6
1614794-2 RN73F1J33KBTD 6
1614795-1 RN73F1J33RBTDF 6
1614795-2 RN73G1J33RDTD 6
1614796-1 RN73F1J36KBTDF 6
1614796-2 RN73F1J36KBTD 6
1614797-1 RN73F1J39KBTDF 6
1614797-2 RN73F1J39KBTD 6
1614798-1 RN73F1J3K3BTDF 6
1614799-1 RN73F1J43KBTDF 6
1614799-2 RN73F1J43KBTD 6
1614800-1 RN73F1J470RBTDF 6
1614800-2 RN73F1J470RBTD 6
1614802-1 RN73F1J47KBTDF 6
1614802-2 RN73F1J47KBTD 6
1614803-1 RN73F1J47RBTDF 6
1614803-2 RN73F1J47RBTD 6
1614804-1 RN73F1J4K7BTDF 6
1614804-2 RN73F1J4K7BTD 6
1614805-1 RN73F1J51KBTDF 6
1614805-2 RN73F1J51KBTD 6
1614806-1 RN73F1J56KBTDF 6
1614806-2 RN73F1J56KBTD 6
1614807-1 RN73F1J56RBTD 6
1614808-1 RN73F1J62KBTDF 6
1614808-2 RN73F1J62KBTD 6
1614809-1 RN73F1J680RBTDF 6
1614809-2 RN73F1J680RBTD 6
1614810-1 RN73F1J68KBTDF 6
1614810-2 RN73F1J68KBTD 6
1614811-1 RN73F1J68RBTDF 6
1614811-2 RN73F1J68RBTD 6
1614812-1 RN73F1J6K8BTDF 6
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1614812-2 RN73F1J6K8BTD 6
1614813-1 RN73F1J75KBTDF 6
1614813-2 RN73F1J75KBTD 6
1614814-1 RN73F1J82KBTDF 6
1614814-2 RN73F1J82KBTD 6
1614815-1 RN73F1J91KBTDF 6
1614815-2 RN73F1J91KBTD 6
1614876-1 RN73G1J10RBTDF 6
1614876-2 RN73G1J10RBTD 6
1614877-1 RN73G1J15RBTDF 6
1614878-1 RN73G1J33RBTDF 6
1614878-2 RN73G1J33RBTD 6
1614880-1 RN73G2A5K11BTD 6
1614881-1 CPF0603B10KE 10
1614881-2 CPF0603B10KE1 10
1614881-3 CPF0603B100RE1 10
1614881-4 CPF0603B21K5E 10
1614881-5 CPF0603B22KE 10
1614881-6 CPF0603B42K2E 10
1614881-7 CPF0603B154KE 10
1614882-1 CPF0603D1K0E 10
1614882-2 CPF0603B1K0E 10
1614882-3 CPF0603B1K0E1 10
1614883-1 CPF0805B100KE 10
1614883-2 CPF0805B100KE1 10
1614883-3 CPF0805B1M0E 10
1614883-4 CPF0805B35K7E 10
1614883-5 CPF0805B49K9E 10
1614883-6 CPF0805B75KE 10
1614883-7 CPF0805B35K7E1 10
1614885-2 CPF0805B100RE 10
1614886-1 CPF0805B10KE 10
1614886-2 CPF0805B10K2E 10
1614888-2 CPF0805B110RC 10
1614888-3 CPF0805B110RE 10
1614889-1 CPF0805B11K8E1 10
1614890-1 CPF0805B11KE 10
1614892-1 CPF0805B12KE1 10
1614896-1 CPF0805B150KE1 10
1614896-2 CPF0805B150KE 10
1614896-3 CPF0805B150RE 10
1614898-1 CPF0805B158KE1 10
1614898-2 CPF0805B15KE 10
1614902-2 CPF0805B1K0E 10
1614903-5 CPF0805B1K6E 10
1614903-6 CPF0805B1K8E 10
1614906-1 CPF0805B20K5E 10
1614906-2 CPF0805B20KE 10
1614908-1 CPF0805B220RE 10
1614909-1 CPF0805B22KE 10
1614911-1 CPF0805B24KE1 10
1614911-5 CPF0805B270RE 10
1614913-1 CPF0805B2K05E 10
1614914-1 CPF0805B2K0E 10
1614914-2 CPF0805B2K0E1 10
1614917-1 CPF0805B2K2E 10
1614918-2 CPF0805B2K43C 10
1614918-3 CPF0805B2K43E1 10
1614920-1 CPF0805B332KE 10
1614922-1 CPF0805B34K8E1 10
1614923-1 CPF0805B36KE1 10
1614924-1 CPF0805B390RE 10
1614925-1 CPF0805B39KE1 10
1614928-1 CPF0805B3K01E 10
1614929-1 CPF0805B3K3E1 10
1614931-1 CPF0805B3K9E 10
1614931-5 CPF0805B41K2E 10
1614932-1 CPF0805B430RE1 10
1614934-1 CPF0805B453KE 10
1614935-1 CPF0805B47KE 10
1614937-1 CPF0805B499KE1 10
1614938-1 CPF0805B4K99E 10
1614938-2 CPF0805B59KE 10
1614941-1 CPF0805B5K11E 10
1614944-2 CPF0805B66K5E 10
1614947-1 CPF0805B6K65E 10
1614947-5 CPF0805B6K81E 10
1614947-6 CPF0805B6K81E1 10
1614948-1 CPF0805B71K5E 10
1614951-1 CPF0805B82K5E 10
1614951-2 CPF0805B82K5E1 10
1614953-1 CPF0805B82KE 10
1614955-1 CPF0805B909RE 10
1614959-1 CPF0805B9K53E1 10
1614959-2 CPF0805D162KE 10
1614959-3 CPF0805D100KC 10
1614960-1 CPF0805D20KE 10
1614960-5 CPF0805D180KC 10
1614961-1 CPF0805D2K49C 10
1614962-1 CPF0805D2K55C 10
1614962-2 CPF0805D30KC 10
1614962-3 CPF0805D39KC 10

1614964-1 CPF1206B100KE 10
1614964-2 CPF1206B100KE1 10
1614964-3 CPF1206B100RE1 10
1614965-1 CPF1206B102KE 10
1614966-1 CPF1206B12K7E 10
1614966-2 CPF1206B12K7E1 10
1614967-1 CPF1206B1K0E1 10
1614968-1 CPF1206B25K5E 10
1614968-2 CPF1206B21K5E 10
1614968-3 CPF1206B20KE 10
1614968-4 CPF1206B24KE 10
1614969-1 CPF1206B301KE1 10
1614969-2 CPF1206B36K1E 10
1614970-1 CPF1206B3K3C1 10
1614970-2 CPF1206B3K0E1 10
1614971-1 CPF1206B47KE1 10
1614971-2 CPF1206B47KE 10
1614971-3 CPF1206B40KE 10
1614972-1 CPF1206B68K1E 10
1614972-2 CPF1206B68K1E1 10
1614973-1 CPF1206B8K25E1 10
1614973-3 CPF1206B9K53C 10
1614973-5 CPF1206B97K6E 10
1614973-6 CPF1206B9K09E 10
1614973-7 CPF1206D120KC 10
1614975-1 RN73C2B499RBTDF 6
1614975-2 RN73C2B499RBTD 6
1614975-3 RN73C2B51K1BTDF 6
1614976-1 LR0204F100K 136
1614977-1 LR0204F100R 136
1614978-1 LR0204F10K 136
1614979-1 LR0204F10R 136
1614980-1 LR0204F110K 136
1614981-1 LR0204F110R 136
1614982-1 LR0204F11K 136
1614983-1 LR0204F11K8 136
1614984-1 LR0204F11R 136
1614985-1 LR0204F120K 136
1614986-1 LR0204F120R 136
1614987-1 LR0204F12K 136
1614988-1 LR0204F12K1 136
1614989-1 LR0204F12K4 136
1614990-1 LR0204F12R 136
1614991-1 LR0204F130K 136
1614992-1 LR0204F130R 136
1614993-1 LR0204F133R 136
1614994-1 LR0204F137K 136
1614995-1 LR0204F137R 136
1614996-1 LR0204F13K 136
1614997-1 LR0204F13K3 136
1614998-1 LR0204F13R 136
1614999-1 LR0204F147K 136
1622160-1 LR0204F14K3 136
1622161-1 LR0204F150K 136
1622162-1 LR0204F150R 136
1622163-1 LR0204F15K 136
1622164-1 LR0204F15K8 136
1622165-1 LR0204F15R 136
1622166-1 LR0204F160K 136
1622167-1 LR0204F160R 136
1622168-1 LR0204F16K 136
1622169-1 LR0204F16K9 136
1622170-1 LR0204F16R 136
1622171-1 LR0204F174K 136
1622172-1 LR0204F180K 136
1622173-1 LR0204F180R 136
1622174-1 LR0204F182K 136
1622175-1 LR0204F187R 136
1622176-1 LR0204F18K 136
1622177-1 LR0204F18K7 136
1622178-1 LR0204F18R 136
1622179-1 LR0204F18R2 136
1622180-1 LR0204F1K0 136
1622181-1 LR0204F1K05 136
1622182-1 LR0204F1K1 136
1622183-1 LR0204F1K2 136
1622183-2 LR0204F1K21 136
1622184-1 LR0204F1K3 136
1622185-1 LR0204F1K5 136
1622185-2 LR0204F1K58 136
1622186-1 LR0204F1K6 136
1622187-1 LR0204F1K8 136
1622188-1 LR0204F1M0 136
1622189-1 LR0204F200K 136
1622190-1 LR0204F200R 136
1622190-3 LR0204F205K 136
1622191-1 LR0204F20K 136
1622192-1 LR0204F20R 136
1622193-1 LR0204F220K 136
1622194-1 LR0204F220R 136
1622195-1 LR0204F221K 136
1622196-1 LR0204F22K 136

1622196-2 LR0204F22K1 136
1622197-1 LR0204F22K6 136
1622198-1 LR0204F22R 136
1622199-1 LR0204F240K 136
1622200-2 LR0204F240R 136
1622201-1 LR0204F24K 136
1622202-1 LR0204F24K3 136
1622203-1 LR0204F24R 136
1622204-1 LR0204F270K 136
1622205-1 LR0204F270R 136
1622206-1 LR0204F27K 136
1622206-5 LR0204F27K4 136
1622207-1 LR0204F27R 136
1622208-1 LR0204F2K0 136
1622209-1 LR0204F2K2 136
1622209-2 LR0204F2K21 136
1622210-1 LR0204F2K4 136
1622211-1 LR0204F2K7 136
1622212-1 LR0204F300K 136
1622213-1 LR0204F300R 136
1622214-1 LR0204F30K 136
1622215-1 LR0204F30R 136
1622216-2 LR0204F330K 136
1622217-1 LR0204F330R 136
1622218-1 LR0204F33K 136
1622218-5 LR0204F33K2 136
1622219-1 LR0204F33R 136
1622220-1 LR0204F360K 136
1622221-1 LR0204F360R 136
1622222-1 LR0204F36K 136
1622223-1 LR0204F36K5 136
1622224-1 LR0204F36R 136
1622225-1 LR0204F390K 136
1622226-1 LR0204F390R 136
1622227-1 LR0204F39K 136
1622228-2 LR0204F39R 136
1622229-1 LR0204F3K0 136
1622230-1 LR0204F3K3 136
1622231-1 LR0204F3K6 136
1622231-2 LR0204F3K83 136
1622232-1 LR0204F3K9 136
1622233-1 LR0204F3K92 136
1622234-1 LR0204F40K2 136
1622235-1 LR0204F422R 136
1622236-1 LR0204F430K 136
1622237-1 LR0204F430R 136
1622238-1 LR0204F43K 136
1622238-2 LR0204F43K2 136
1622239-1 LR0204F43R 136
1622240-1 LR0204F470K 136
1622241-1 LR0204F470R 136
1622242-1 LR0204F47K 136
1622243-2 LR0204F47R 136
1622244-1 LR0204F487R 136
1622245-1 LR0204F49K9 136
1622246-1 LR0204F4K3 136
1622247-1 LR0204F4K7 136
1622247-5 LR0204F4K75 136
1622248-1 LR0204F4K87 136
1622249-1 LR0204F4K99 136
1622250-1 LR0204F510K 136
1622251-1 LR0204F510R 136
1622252-1 LR0204F51K 136
1622252-2 LR0204F51K1 136
1622253-1 LR0204F51R 136
1622254-1 LR0204F560K 136
1622255-1 LR0204F560R 136
1622256-1 LR0204F56K 136
1622257-1 LR0204F56R 136
1622258-1 LR0204F5K1 136
1622259-1 LR0204F5K23 136
1622260-1 LR0204F5K6 136
1622261-1 LR0204F5K9 136
1622261-2 LR0204F5R1 136
1622262-1 LR0204F620K 136
1622263-1 LR0204F620R 136
1622264-1 LR0204F62K 136
1622265-1 LR0204F62R 136
1622266-1 LR0204F680K 136
1622267-1 LR0204F680R 136
1622268-1 LR0204F68K 136
1622269-1 LR0204F68R 136
1622270-1 LR0204F6K04 136
1622271-1 LR0204F6K19 136
1622272-1 LR0204F6K2 136
1622273-1 LR0204F6K8 136
1622273-2 LR0204F6K81 136
1622274-1 LR0204F715R 136
1622275-1 LR0204F750K 136
1622276-1 LR0204F750R 136
1622277-1 LR0204F75K 136
1622278-2 LR0204F75R 136

1622279-1 LR0204F7K5 136
1622280-1 LR0204F80K6 136
1622281-1 LR0204F820K 136
1622282-1 LR0204F820R 136
1622282-2 LR0204F845R 136
1622283-1 LR0204F82K 136
1622284-1 LR0204F82R 136
1622285-1 LR0204F82R5 136
1622286-1 LR0204F86R6 136
1622287-1 LR0204F8K2 136
1622288-1 LR0204F8K87 136
1622289-1 LR0204F8R2 136
1622290-1 LR0204F910K 136
1622291-1 LR0204F910R 136
1622292-1 LR0204F91K 136
1622293-1 LR0204F91R 136
1622294-1 LR0204F931K 136
1622295-1 LR0204F9K1 136
1622295-3 LR0204F9K76 136
1622296-1 LR1F100K 136
1622297-1 LR1F100R 136
1622298-1 LR1F10K 136
1622298-2 LR1F10K2 136
1622299-1 LR1F10K5 136
1622300-1 LR1F10K7 136
1622301-1 LR1F10M 136
1622302-1 LR1F10R 136
1622303-1 LR1F110K 136
1622304-1 LR1F110R 136
1622305-1 LR1F11K 136
1622305-2 LR1F11K3 136
1622305-4 LR1F11K8 136
1622305-5 LR1F11K5 136
1622306-1 LR1F11R 136
1622307-1 LR1F120K 136
1622308-1 LR1F120R 136
1622308-5 LR1F121K 136
1622309-1 LR1F121R 136
1622310-1 LR1F124R 136
1622310-2 LR1F124K 136
1622310-3 LR1F127K 136
1622311-1 LR1F12K 136
1622311-2 LR1F12K4 136
1622311-3 LR1F12K1 136
1622311-4 LR1F12K7 136
1622312-1 LR1F12R 136
1622312-2 LR1F12R1 136
1622313-1 LR1F130K 136
1622314-1 LR1F130R 136
1622314-2 LR1F133K 136
1622315-1 LR1F137R 136
1622315-2 LR1F137K 136
1622316-1 LR1F13K 136
1622316-2 LR1F13K3 136
1622316-3 LR1F13K7 136
1622317-1 LR1F13R 136
1622318-1 LR1F140K 136
1622319-1 LR1F14K 136
1622319-2 LR1F14K3 136
1622319-3 LR1F14K7 136
1622320-1 LR1F150K 136
1622321-1 LR1F150R 136
1622321-2 LR1F154K 136
1622321-3 LR1F158K 136
1622322-1 LR1F158R 136
1622323-1 LR1F15K 136
1622324-1 LR1F15K4 136
1622325-1 LR1F15K8 136
1622326-1 LR1F15R 136
1622327-1 LR1F160K 136
1622328-1 LR1F160R 136
1622328-5 LR1F162K 136
1622329-1 LR1F165R 136
1622329-2 LR1F165K 136
1622330-1 LR1F169K 136
1622331-1 LR1F169R 136
1622332-1 LR1F16K 136
1622332-2 LR1F16K2 136
1622332-4 LR1F16K5 136
1622333-1 LR1F16K9 136
1622334-1 LR1F16R 136
1622335-1 LR1F16R2 136
1622336-1 LR1F16R9 136
1622337-1 LR1F174K 136
1622338-1 LR1F178K 136
1622339-1 LR1F17K4 136
1622340-1 LR1F17R8 136
1622341-1 LR1F180K 136
1622342-1 LR1F180R 136
1622343-1 LR1F187R 136
1622343-2 LR1F187K 136
1622344-1 LR1F18K 136
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1622345-1 LR1F18K2 136
1622346-1 LR1F18K7 136
1622347-1 LR1F18R 136
1622347-2 LR1F18R2 136
1622348-1 LR1F191K 136
1622349-1 LR1F1K0 136
1622349-2 LR1F1K02 136
1622349-3 LR1F1K05 136
1622349-4 LR1F1K07 136
1622350-1 LR1F1K1 136
1622350-2 LR1F1K13 136
1622350-3 LR1F1K15 136
1622351-1 LR1F1K18 136
1622352-1 LR1F1K2 136
1622353-1 LR1F1K21 136
1622354-1 LR1F1K24 136
1622354-2 LR1F1K27 136
1622355-1 LR1F1K3 136
1622355-2 LR1F1K33 136
1622356-1 LR1F1K37 136
1622356-2 LR1F1K4 136
1622357-1 LR1F1K43 136
1622358-1 LR1F1K47 136
1622359-1 LR1F1K5 136
1622359-5 LR1F1K54 136
1622360-1 LR1F1K6 136
1622361-1 LR1F1K62 136
1622362-1 LR1F1K65 136
1622362-2 LR1F1K69 136
1622363-1 LR1F1K74 136
1622363-5 LR1F1K78 136
1622364-1 LR1F1K8 136
1622364-2 LR1F1K82 136
1622365-1 LR1F1K87 136
1622366-1 LR1F1K96 136
1622366-2 LR1F1K91 136
1622367-1 LR1F1M0 136
1622367-2 LR1F1M02 136
1622367-3 LR1F1M05 136
1622367-4 LR1F1M07 136
1622368-1 LR1F1M1 136
1622368-2 LR1F1M13 136
1622368-3 LR1F1M15 136
1622368-4 LR1F1M18 136
1622369-1 LR1F1M2 136
1622369-2 LR1F1M3 136
1622369-3 LR1F1M21 136
1622369-4 LR1F1M24 136
1622369-5 LR1F1M27 136
1622369-6 LR1F1M33 136
1622369-7 LR1F1M37 136
1622369-8 LR1F1M4 136
1622369-9 LR1F1M43 136
1622370-1 LR1F1M5 136
1622370-2 LR1F1M6 136
1622370-3 LR1F1M8 136
1622370-4 LR1F1M82 136
1622370-5 LR1F1M54 136
1622370-6 LR1F1M58 136
1622370-7 LR1F1M62 136
1622370-8 LR1F1M65 136
1622370-9 LR1F1M69 136
1622371-1 LR1F1R0 136
1622372-1 LR1F1R1 136
1622373-1 LR1F1R2 136
1622374-1 LR1F1R3 136
1622375-1 LR1F1R5 136
1622376-1 LR1F1R6 136
1622377-1 LR1F1R62 136
1622378-1 LR1F1R8 136
1622379-1 LR1F1R82 136
1622380-1 LR1F200K 136
1622381-1 LR1F200R 136
1622381-2 LR1F205K 136
1622382-1 LR1F20K 136
1622382-2 LR1F20K5 136
1622383-1 LR1F20R 136
1622384-1 LR1F21K5 136
1622384-2 LR1F21K 136
1622385-1 LR1F220K 136
1622386-1 LR1F220R 136
1622387-1 LR1F221K 136
1622388-1 LR1F221R 136
1622388-2 LR1F226K 136
1622389-1 LR1F22K 136
1622390-1 LR1F22K1 136
1622391-1 LR1F22K6 136
1622392-1 LR1F22R 136
1622393-1 LR1F237R 136
1622393-2 LR1F237K 136
1622393-3 LR1F232K 136
1622394-1 LR1F23K2 136

1622394-2 LR1F23K7 136
1622395-1 LR1F240K 136
1622396-1 LR1F240R 136
1622396-2 LR1F249R 136
1622396-3 LR1F243R 136
1622396-4 LR1F249K 136
1622396-5 LR1F243K 136
1622397-1 LR1F24K 136
1622398-1 LR1F24K3 136
1622399-1 LR1F24K9 136
1622400-1 LR1F24R 136
1622401-1 LR1F24R9 136
1622401-2 LR1F255K 136
1622401-4 LR1F25K5 136
1622402-1 LR1F261R 136
1622402-2 LR1F261K 136
1622403-1 LR1F267R 136
1622403-2 LR1F267K 136
1622404-1 LR1F26K1 136
1622404-2 LR1F26K7 136
1622405-1 LR1F270K 136
1622406-1 LR1F270R 136
1622406-5 LR1F274K 136
1622407-1 LR1F27K 136
1622407-2 LR1F27K4 136
1622408-1 LR1F27R 136
1622408-2 LR1F27R4 136
1622409-1 LR1F280K 136
1622410-1 LR1F280R 136
1622410-2 LR1F287K 136
1622410-4 LR1F28K 136
1622410-5 LR1F28K7 136
1622411-1 LR1F29K4 136
1622412-1 LR1F2K0 136
1622412-2 LR1F2K05 136
1622413-1 LR1F2K1 136
1622413-2 LR1F2K15 136
1622414-1 LR1F2K2 136
1622415-1 LR1F2K21 136
1622416-1 LR1F2K26 136
1622416-2 LR1F2K32 136
1622416-3 LR1F2K37 136
1622417-1 LR1F2K4 136
1622418-1 LR1F2K43 136
1622418-2 LR1F2K49 136
1622418-3 LR1F2K55 136
1622418-4 LR1F2K61 136
1622418-5 LR1F2K67 136
1622419-1 LR1F2K7 136
1622420-1 LR1F2K74 136
1622420-2 LR1F2K8 136
1622420-3 LR1F2K87 136
1622420-4 LR1F2K94 136
1622421-1 LR1F2M0 136
1622422-1 LR1F2M2 136
1622422-2 LR1F2M4 136
1622422-3 LR1F2M7 136
1622422-4 LR1F2M37 136
1622423-1 LR1F2R0 136
1622424-1 LR1F2R2 136
1622425-1 LR1F2R21 136
1622426-1 LR1F2R4 136
1622426-5 LR1F2R43 136
1622427-1 LR1F2R7 136
1622428-1 LR1F2R74 136
1622429-1 LR1F300K 136
1622430-1 LR1F300R 136
1622431-1 LR1F301R 136
1622431-2 LR1F309K 136
1622432-1 LR1F30K 136
1622433-1 LR1F30K1 136
1622434-1 LR1F30K9 136
1622435-1 LR1F30R 136
1622435-2 LR1F30R1 136
1622436-1 LR1F31K6 136
1622436-2 LR1F31R6 136
1622436-3 LR1F316K 136
1622436-4 LR1F324K 136
1622436-5 LR1F32K4 136
1622437-1 LR1F330K 136
1622438-1 LR1F330R 136
1622439-1 LR1F332K 136
1622440-1 LR1F33K 136
1622441-1 LR1F33K2 136
1622442-1 LR1F33R 136
1622443-1 LR1F33R2 136
1622444-1 LR1F34K8 136
1622444-2 LR1F34K 136
1622444-3 LR1F348K 136
1622444-4 LR1F340K 136
1622445-1 LR1F357R 136
1622445-2 LR1F357K 136

1622445-3 LR1F35K7 136
1622446-1 LR1F360K 136
1622447-1 LR1F360R 136
1622448-1 LR1F365K 136
1622449-1 LR1F365R 136
1622450-1 LR1F36K 136
1622450-2 LR1F36K5 136
1622451-1 LR1F36R 136
1622451-3 LR1F374K 136
1622452-1 LR1F383K 136
1622452-3 LR1F38K3 136
1622453-1 LR1F390K 136
1622454-1 LR1F390R 136
1622455-1 LR1F392R 136
1622455-2 LR1F392K 136
1622456-1 LR1F39K 136
1622457-1 LR1F39K2 136
1622458-1 LR1F39R 136
1622458-2 LR1F39R2 136
1622459-1 LR1F3K0 136
1622459-5 LR1F3K01 136
1622460-1 LR1F3K16 136
1622460-2 LR1F3K24 136
1622461-1 LR1F3K3 136
1622462-1 LR1F3K32 136
1622462-2 LR1F3K4 136
1622462-3 LR1F3K48 136
1622463-1 LR1F3K57 136
1622464-1 LR1F3K6 136
1622465-1 LR1F3K65 136
1622466-1 LR1F3K74 136
1622466-5 LR1F3K83 136
1622467-1 LR1F3K9 136
1622467-2 LR1F3M0 136
1622467-3 LR1F3M6 136
1622467-4 LR1F3M9 136
1622467-5 LR1F3M3 136
1622467-6 LR1F3K92 136
1622467-7 LR1F3M32 136
1622468-1 LR1F3R0 136
1622469-1 LR1F3R3 136
1622470-1 LR1F3R32 136
1622471-1 LR1F3R6 136
1622471-5 LR1F3R65 136
1622472-1 LR1F3R9 136
1622472-5 LR1F3R92 136
1622473-1 LR1F41K2 136
1622473-2 LR1F402R 136
1622473-3 LR1F40K2 136
1622473-4 LR1F402K 136
1622473-5 LR1F412K 136
1622473-6 LR1F422K 136
1622474-1 LR1F42R2 136
1622474-2 LR1F42K2 136
1622475-1 LR1F430K 136
1622476-1 LR1F430R 136
1622477-1 LR1F432K 136
1622478-1 LR1F432R 136
1622479-1 LR1F43K 136
1622479-2 LR1F43K2 136
1622480-1 LR1F43R 136
1622480-2 LR1F43R2 136
1622480-3 LR1F442K 136
1622481-1 LR1F453R 136
1622481-2 LR1F453K 136
1622482-1 LR1F464K 136
1622483-1 LR1F464R 136
1622484-1 LR1F46K4 136
1622485-1 LR1F470K 136
1622486-1 LR1F470R 136
1622487-1 LR1F475R 136
1622487-2 LR1F475K 136
1622488-1 LR1F47K 136
1622489-1 LR1F47R 136
1622489-4 LR1F487R 136
1622489-5 LR1F48K7 136
1622489-6 LR1F487K 136
1622490-1 LR1F47R5 136
1622491-1 LR1F499R 136
1622492-1 LR1F49K9 136
1622492-5 LR1F49R9 136
1622493-1 LR1F4K02 136
1622494-1 LR1F4K12 136
1622495-1 LR1F4K22 136
1622496-1 LR1F4K3 136
1622497-1 LR1F4K32 136
1622498-1 LR1F4K42 136
1622499-1 LR1F4K53 136
1622500-1 LR1F4K7 136
1622501-1 LR1F4K75 136
1622501-2 LR1F4K87 136
1622502-1 LR1F4K99 136

1622503-1 LR1F4M7 136
1622504-1 LR1F4R3 136
1622505-1 LR1F4R7 136
1622506-1 LR1F4R75 136
1622507-1 LR1F510K 136
1622508-1 LR1F510R 136
1622509-1 LR1F511R 136
1622509-2 LR1F511K 136
1622510-1 LR1F51K 136
1622510-2 LR1F51K1 136
1622511-1 LR1F51R 136
1622512-1 LR1F51R1 136
1622512-5 LR1F523K 136
1622513-1 LR1F52K3 136
1622513-5 LR1F536K 136
1622513-6 LR1F536R 136
1622514-1 LR1F549R 136
1622514-2 LR1F549K 136
1622515-1 LR1F54K9 136
1622516-1 LR1F560K 136
1622517-1 LR1F560R 136
1622518-1 LR1F562R 136
1622518-2 LR1F562K 136
1622519-1 LR1F56K 136
1622520-1 LR1F56K2 136
1622521-1 LR1F56R 136
1622522-1 LR1F56R2 136
1622523-1 LR1F576R 136
1622523-2 LR1F576K 136
1622524-1 LR1F57K6 136
1622525-1 LR1F590K 136
1622525-2 LR1F590R 136
1622525-3 LR1F59K 136
1622526-1 LR1F5K1 136
1622527-1 LR1F5K11 136
1622528-1 LR1F5K23 136
1622529-1 LR1F5K36 136
1622530-1 LR1F5K49 136
1622531-1 LR1F5K6 136
1622532-1 LR1F5K62 136
1622533-1 LR1F5K76 136
1622534-1 LR1F5K9 136
1622534-2 LR1F5M1 136
1622534-3 LR1F5M6 136
1622535-1 LR1F5R1 136
1622536-1 LR1F5R6 136
1622537-1 LR1F61R9 136
1622537-2 LR1F619R 136
1622537-3 LR1F61K9 136
1622537-4 LR1F60K4 136
1622537-5 LR1F604R 136
1622537-6 LR1F604K 136
1622537-7 LR1F619K 136
1622538-1 LR1F620K 136
1622539-1 LR1F620R 136
1622540-1 LR1F62K 136
1622541-1 LR1F62R 136
1622541-2 LR1F634K 136
1622541-3 LR1F634R 136
1622541-4 LR1F63K4 136
1622542-1 LR1F64K9 136
1622542-2 LR1F649R 136
1622542-3 LR1F649K 136
1622542-6 LR1F665K 136
1622543-1 LR1F66K5 136
1622544-1 LR1F680K 136
1622545-1 LR1F680R 136
1622546-1 LR1F681K 136
1622547-1 LR1F681R 136
1622548-1 LR1F68K 136
1622548-2 LR1F68K1 136
1622550-1 LR1F68R 136
1622550-2 LR1F698R 136
1622550-3 LR1F68R1 136
1622550-4 LR1F698K 136
1622551-1 LR1F69K8 136
1622552-1 LR1F6K2 136
1622552-2 LR1F6K04 136
1622552-3 LR1F6K19 136
1622553-1 LR1F6K34 136
1622554-1 LR1F6K49 136
1622554-5 LR1F6K65 136
1622555-1 LR1F6K8 136
1622556-1 LR1F6K81 136
1622556-2 LR1F6K98 136
1622556-5 LR1F6M2 136
1622556-6 LR1F6M8 136
1622557-1 LR1F6R2 136
1622558-1 LR1F6R8 136
1622559-1 LR1F715K 136
1622559-2 LR1F715R 136
1622560-1 LR1F71K5 136
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1622561-1 LR1F71R5 136
1622561-5 LR1F732K 136
1622562-1 LR1F73K2 136
1622563-1 LR1F750K 136
1622564-1 LR1F750R 136
1622565-1 LR1F75K 136
1622566-1 LR1F75R 136
1622567-1 LR1F76K8 136
1622567-2 LR1F768R 136
1622567-3 LR1F768K 136
1622568-1 LR1F76R8 136
1622569-1 LR1F78K7 136
1622569-2 LR1F787R 136
1622569-3 LR1F787K 136
1622570-1 LR1F7K15 136
1622570-2 LR1F7K32 136
1622571-1 LR1F7K5 136
1622572-1 LR1F7K68 136
1622573-1 LR1F7K87 136
1622573-2 LR1F7M5 136
1622574-1 LR1F7R5 136
1622575-1 LR1F820K 136
1622575-3 LR1F806R 136
1622575-4 LR1F806K 136
1622575-5 LR1F80K6 136
1622576-1 LR1F820R 136
1622576-2 LR1F825K 136
1622577-1 LR1F825R 136
1622578-1 LR1F82K 136
1622579-1 LR1F82K5 136
1622580-1 LR1F82R 136
1622581-1 LR1F82R5 136
1622582-1 LR1F845R 136
1622582-2 LR1F845K 136
1622583-1 LR1F8K2 136
1622583-2 LR1F8K06 136
1622584-1 LR1F8K25 136
1622584-2 LR1F8K45 136
1622585-1 LR1F8K66 136
1622585-2 LR1F8M2 136
1622585-3 LR1F8K87 136
1622587-1 LR1F8R2 136
1622588-1 LR1F8R45 136
1622588-9 LR1F909K 136
1622589-1 LR1F910K 136
1622590-1 LR1F910R 136
1622591-1 LR1F91K 136
1622592-1 LR1F91R 136
1622593-1 LR1F931R 136
1622593-2 LR1F93K1 136
1622593-3 LR1F953K 136
1622593-4 LR1F953R 136
1622593-5 LR1F931K 136
1622594-1 LR1F976R 136
1622594-2 LR1F97K6 136
1622594-3 LR1F976K 136
1622595-1 LR1F9K1 136
1622595-2 LR1F9K09 136
1622595-3 LR1F9K31 136
1622596-1 LR1F9K53 136
1622597-1 LR1F9R1 136
1622598-1 LR1LJR10 136
1622599-1 LR1LJR15 136
1622600-1 LR1LJR22 136
1622601-1 LR1LJR27 136
1622602-1 LR1LJR33 136
1622602-2 LR1LJR39 136
1622603-1 LR1LJR47 136
1622604-1 LR1LJR56 136
1622605-1 LR1LJR68 136
1622672-1 LR2F100K 136
1622673-1 LR2F100R 136
1622674-1 LR2F10K 136
1622675-1 LR2F10R 136
1622676-1 LR2F110K 136
1622677-1 LR2F110R 136
1622678-1 LR2F11K 136
1622679-1 LR2F11R 136
1622680-1 LR2F120K 136
1622681-1 LR2F120R 136
1622682-1 LR2F12K 136
1622683-1 LR2F12R 136
1622684-1 LR2F130K 136
1622685-1 LR2F130R 136
1622686-1 LR2F13K 136
1622687-1 LR2F13R 136
1622688-1 LR2F150K 136
1622689-1 LR2F150R 136
1622690-1 LR2F15K 136
1622691-1 LR2F15R 136
1622692-1 LR2F160K 136
1622693-1 LR2F160R 136

1622694-1 LR2F16K 136
1622695-1 LR2F16R 136
1622696-1 LR2F180K 136
1622697-1 LR2F180R 136
1622698-1 LR2F18K 136
1622699-1 LR2F18R 136
1622700-1 LR2F1K0 136
1622701-1 LR2F1K1 136
1622702-1 LR2F1K2 136
1622703-1 LR2F1K3 136
1622704-1 LR2F1K5 136
1622705-1 LR2F1K6 136
1622706-1 LR2F1K8 136
1622707-1 LR2F1M0 136
1622708-1 LR2F200K 136
1622709-1 LR2F200R 136
1622710-1 LR2F20K 136
1622711-1 LR2F20R 136
1622712-1 LR2F220K 136
1622713-1 LR2F220R 136
1622714-2 LR2F22K 136
1622715-1 LR2F22R 136
1622716-1 LR2F240K 136
1622717-1 LR2F240R 136
1622718-1 LR2F24K 136
1622719-1 LR2F24R 136
1622720-1 LR2F270K 136
1622721-1 LR2F270R 136
1622722-1 LR2F27K 136
1622723-1 LR2F27R 136
1622724-1 LR2F2K0 136
1622725-1 LR2F2K2 136
1622726-1 LR2F2K4 136
1622727-1 LR2F2K7 136
1622728-1 LR2F300K 136
1622729-1 LR2F300R 136
1622730-1 LR2F30K 136
1622731-1 LR2F30R 136
1622732-1 LR2F330K 136
1622733-1 LR2F330R 136
1622734-1 LR2F33K 136
1622735-1 LR2F33R 136
1622736-1 LR2F360K 136
1622737-1 LR2F360R 136
1622738-1 LR2F36K 136
1622739-1 LR2F36R 136
1622740-1 LR2F390K 136
1622741-1 LR2F390R 136
1622742-1 LR2F39K 136
1622743-1 LR2F39R 136
1622744-1 LR2F3K0 136
1622745-1 LR2F3K3 136
1622746-1 LR2F3K6 136
1622747-1 LR2F3K9 136
1622748-1 LR2F430K 136
1622749-1 LR2F430R 136
1622750-1 LR2F43K 136
1622751-1 LR2F43R 136
1622752-1 LR2F470K 136
1622753-1 LR2F470R 136
1622754-1 LR2F47K 136
1622755-1 LR2F47R 136
1622756-1 LR2F4K3 136
1622757-1 LR2F4K7 136
1622758-1 LR2F510K 136
1622759-1 LR2F510R 136
1622760-1 LR2F51K 136
1622761-1 LR2F51R 136
1622762-1 LR2F560K 136
1622763-1 LR2F560R 136
1622764-1 LR2F56K 136
1622765-1 LR2F56R 136
1622766-1 LR2F5K1 136
1622767-1 LR2F5K6 136
1622768-1 LR2F620K 136
1622769-1 LR2F620R 136
1622770-1 LR2F62K 136
1622771-1 LR2F62R 136
1622772-1 LR2F680K 136
1622773-1 LR2F680R 136
1622774-1 LR2F68K 136
1622775-1 LR2F68R 136
1622776-1 LR2F6K2 136
1622777-1 LR2F6K8 136
1622778-1 LR2F750K 136
1622779-1 LR2F750R 136
1622780-1 LR2F75K 136
1622781-1 LR2F75R 136
1622782-1 LR2F7K5 136
1622783-1 LR2F820K 136
1622784-1 LR2F820R 136
1622785-1 LR2F82K 136

1622786-1 LR2F82R 136
1622787-1 LR2F8K2 136
1622788-1 LR2F910K 136
1622789-1 LR2F910R 136
1622790-1 LR2F91K 136
1622791-1 LR2F91R 136
1622792-1 LR2F9K1 136
1622793-1 ZR0204 148
1622793-2 ZR0204/RL 148
1622794-1 CR1B33KCC 21
1622794-3 CR1B4K99CC 21
1622794-4 CR1B75RCC 21
1622794-5 CR1D4K99CC 21
1622794-6 CR1D20KCC 21
1622794-7 CR1D249RCC 21
1622794-8 CR1D27K4CC 21
1622795-1 YR1B24K3CC 21
1622795-2 YR1B2K61CC 21
1622795-3 YR1B3K01CC 21
1622795-4 YR1B46K4CC 21
1622795-5 YR1B4K02CC 21
1622796-1 YR1B100KCC 21
1622796-2 YR1B100RCC 21
1622796-3 YR1B102KCC 21
1622796-4 YR1B107KCC 21
1622796-5 YR1B10K2CC 21
1622796-6 YR1B10KCC 21
1622796-7 YR1B115KCC 21
1622796-8 YR1B12K1CC 21
1622796-9 YR1B12K7CC 21
1622799-1 SIL04E102G 152
1622799-2 SIL04E103J 152
1622799-3 SIL04E222J 152
1622799-4 SIL04E472J 152
1622799-5 SIL04M103J 152
1622799-6 SIL04M222J 152
1622799-7 SIL04M472J 152
1622799-8 SIL04M104J 152
1622799-9 SIL04E105J 152
1622800-1 SIL05E102J 152
1622800-2 SIL05E103J 152
1622800-3 SIL05E104J 152
1622800-4 SIL05E105J 152
1622800-5 SIL05E124G 152
1622800-6 SIL05E124J 152
1622800-7 SIL05E151G 152
1622800-8 SIL05E152J 152
1622800-9 SIL05E154J 152
1622801-1 SIL06E102G 152
1622801-2 SIL06E102J 152
1622801-3 SIL06E103G 152
1622801-4 SIL06E103J 152
1622801-5 SIL06E104G 152
1622801-6 SIL06E152J 152
1622801-7 SIL06E154G 152
1622801-8 SIL06E222G 152
1622801-9 SIL06E223G 152
1622802-1 SIL06M101J 152
1622802-2 SIL06M102G 152
1622802-3 SIL06M102J 152
1622802-4 SIL06M103G 152
1622802-5 SIL06M103J 152
1622802-6 SIL06M104G 152
1622802-7 SIL06M104J 152
1622802-8 SIL06M121J 152
1622802-9 SIL06M122J 152
1622803-1 SIL07E103G 152
1622803-2 SIL07E103J 152
1622803-3 SIL07E104G 152
1622803-4 SIL07E104J 152
1622803-5 SIL07E151G 152
1622803-6 SIL07E152J 152
1622803-7 SIL07E222G 152
1622803-8 SIL07E222J 152
1622803-9 SIL07E223G 152
1622804-1 SIL08E101G 152
1622804-2 SIL08E102G 152
1622804-3 SIL08E102J 152
1622804-4 SIL08E103J 152
1622804-5 SIL08E104G 152
1622804-6 SIL08E104J 152
1622804-7 SIL08E105G 152
1622804-8 SIL08E151G 152
1622804-9 SIL08E152G 152
1622805-1 SIL08M100J 152
1622805-2 SIL08M101G 152
1622805-3 SIL08M101J 152
1622805-4 SIL08M102G 152
1622805-5 SIL08M102J 152
1622805-6 SIL08M103G 152
1622805-7 SIL08M103J 152
1622805-8 SIL08M104G 152

1622805-9 SIL08M104J 152
1622806-1 SIL09E101J 152
1622806-2 SIL09E102J 152
1622806-3 SIL09E103G 152
1622806-4 SIL09E103J 152
1622806-5 SIL09E104G 152
1622806-6 SIL09E104J 152
1622806-7 SIL09E105G 152
1622806-8 SIL09E105J 152
1622806-9 SIL09E122J 152
1622807-1 SIL10E101G 152
1622807-2 SIL10E102G 152
1622807-3 SIL10E102J 152
1622807-4 SIL10E103G 152
1622807-5 SIL10E103J 152
1622807-6 SIL10E104G 152
1622807-7 SIL10E122G 152
1622807-8 SIL10E153G 152
1622807-9 SIL10E182G 152
1622808-1 SIL10M101G 152
1622808-2 SIL10M101J 152
1622808-3 SIL10M102G 152
1622808-4 SIL10M102J 152
1622808-5 SIL10M103J 152
1622808-6 SIL10M104G 152
1622808-7 SIL10M104J 152
1622808-8 SIL10M153J 152
1622808-9 SIL10M221J 152
1622809-1 SIL11E103J 152
1622809-2 SIL11E332J 152
1622809-3 SIL11E333J 152
1622810-1 SIL12E103J 152
1622810-2 SIL12M104G 152
1622810-3 SIL12M105J 152
1622810-4 SIL12M222J 152
1622810-5 SIL12M470J 152
1622810-6 SIL12M561G 152
1622810-7 SIL12E225J 152
1622810-8 SIL12M181J 152
1622810-9 SIL12M472J 152
1622811-1 SIL13E105G 152
1622811-2 SIL13E223J 152
1622811-3 SIL13E224G 152
1622811-4 SIL13E332J 152
1622811-5 SIL13E472J 152
1622818-1 RH73U2A10MJTD 133
1622818-2 RH73U2A2M2JTD 133
1622818-3 RH73U2A4M7JTD 133
1622818-4 RH73U2A6M8JTD 133
1622818-5 RH73U2A200MJTN 133
1622818-6 RH73U2A1G0JTN 133
1622819-1 MCNC48103J 134
1622819-2 MCNC48104F 134
1622819-3 MCNT48330J 134
1622819-4 MCNT48473J 134
1622819-5 MCNY48101J 134
1622819-6 MCNY48102J 134
1622819-7 MCNY48103J 134
1622819-8 MCNY48104J 134
1622819-9 MCNY48151J 134
1622820-1 3520100KJT 132
1622820-2 3520100RJT 132
1622820-3 352010KJT 132
1622820-4 352010RJT 132
1622820-5 3520120RJT 132
1622820-6 352012RJT 132
1622820-7 3520150KJT 132
1622820-8 3520150RJT 132
1622820-9 352015KJT 132
1622824-4 RL73H2B1R2FTD 32
1622824-8 RL73H2E6R19FTE 32
1622824-9 RL73H2HR20FTE 32
1622825-1 RL73K2AR10JTD 32
1622825-2 RL73K2AR15JTD 32
1622825-4 RL73K2BR12GTD 32
1622825-5 RL73K2BR20JTD 32
1622825-6 RL73K2ER82GTE 32
1622825-7 RL73K3A3R0JTE 32
1622825-8 RL73K3AR10GTE 32
1622826-2 CRG0402J100K 130
1622826-3 CRG0402J100R 130
1622826-4 CRG0402J10K 130
1622826-5 CRG0402J10R 130
1622826-6 CRG0402J120K 130
1622826-7 CRG0402J120R 130
1622826-8 CRG0402J12K 130
1622826-9 CRG0402J12R 130
1622827-1 CRG0603F100K 130
1622827-2 CRG0603F100K/10 130
1622828-1 CRG0603F100R 130
1622828-2 CRG0603F100R/10 130
1622829-1 CRG0603F10K 130
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1622829-2 CRG0603F10K/10 130
1622830-1 CRG0603F10K2 130
1622831-1 CRG0603F10R 130
1622832-1 CRG0603F110K 130
1622833-1 CRG0603F110R 130
1622834-1 CRG0603F11K 130
1622835-1 CRG0603F11R 130
1622836-1 CRG0603F120K 130
1622836-2 CRG0603F120K/10 130
1622837-1 CRG0603F120R 130
1622838-1 CRG0603F12K 130
1622839-1 CRG0603F12K1 130
1622840-1 CRG0603F12K4 130
1622841-1 CRG0603F12K7 130
1622842-1 CRG0603F12R 130
1622843-1 CRG0603F130K 130
1622844-1 CRG0603F130R 130
1622845-1 CRG0603F13K 130
1622846-1 CRG0603F13R 130
1622846-5 CRG0603F13R3 130
1622847-1 CRG0603F140R 130
1622848-1 CRG0603F147K 130
1622849-1 CRG0603F14K 130
1622850-1 CRG0603F14K3 130
1622851-1 CRG0603F150K 130
1622852-1 CRG0603F150R 130
1622853-1 CRG0603F15K 130
1622853-2 CRG0603F15K/10 130
1622854-1 CRG0603F15R 130
1622855-1 CRG0603F160K 130
1622856-1 CRG0603F160R 130
1622857-1 CRG0603F16K 130
1622858-1 CRG0603F16R 130
1622859-1 CRG0603F178R 130
1622860-1 CRG0603F180K 130
1622860-2 CRG0603F180K/10 130
1622861-1 CRG0603F180R 130
1622862-1 CRG0603F18K 130
1622863-1 CRG0603F18K2 130
1622864-1 CRG0603F18K7 130
1622865-1 CRG0603F18R 130
1622865-5 CRG0603F18R2 130
1622866-1 CRG0603F1K0 130
1622866-2 CRG0603F1K0/10 130
1622867-1 CRG0603F1K05 130
1622868-1 CRG0603F1K1 130
1622869-1 CRG0603F1K2 130
1622869-2 CRG0603F1K2/10 130
1622870-1 CRG0603F1K3 130
1622871-1 CRG0603F1K4 130
1622872-1 CRG0603F1K5 130
1622873-1 CRG0603F1K6 130
1622874-1 CRG0603F1K62 130
1622875-1 CRG0603F1K78 130
1622876-1 CRG0603F1K8 130
1622877-1 CRG0603F1M0 130
1622877-2 CRG0603F1M0/10 130
1622877-3 CRG0603F1M2 130
1622878-1 CRG0603F1M5 130
1622878-2 CRG0603F1M8 130
1622878-3 CRG0603F1R8 130
1622878-4 CRG0603F1R0 130
1622878-5 CRG0603F1R2 130
1622878-6 CRG0603F1R5 130
1622879-1 CRG0603F200K 130
1622880-1 CRG0603F200R 130
1622881-1 CRG0603F20K 130
1622881-2 CRG0603F20K/10 130
1622882-1 CRG0603F20R 130
1622883-1 CRG0603F220K 130
1622884-1 CRG0603F220R 130
1622884-2 CRG0603F220R/10 130
1622885-1 CRG0603F221K 130
1622886-1 CRG0603F22K 130
1622886-2 CRG0603F22K/10 130
1622887-1 CRG0603F22K1 130
1622888-1 CRG0603F22R 130
1622889-1 CRG0603F22R1 130
1622890-1 CRG0603F23K7 130
1622891-1 CRG0603F240K 130
1622892-1 CRG0603F240R 130
1622893-1 CRG0603F24K 130
1622894-1 CRG0603F24K3 130
1622895-1 CRG0603F24R 130
1622895-5 CRG0603F24R3 130
1622896-1 CRG0603F270K 130
1622897-1 CRG0603F270R 130
1622897-2 CRG0603F270R/10 130
1622898-1 CRG0603F27K 130
1622898-2 CRG0603F27K/10 130
1622899-1 CRG0603F27K4 130
1622900-1 CRG0603F27R 130

1622900-5 CRG0603F27R4 130
1622901-1 CRG0603F2K0 130
1622902-1 CRG0603F2K2 130
1622902-2 CRG0603F2K2/10 130
1622903-1 CRG0603F2K21 130
1622904-1 CRG0603F2K37 130
1622905-1 CRG0603F2K4 130
1622906-1 CRG0603F2K43 130
1622907-1 CRG0603F2K7 130
1622908-1 CRG0603F2K74 130
1622909-1 CRG0603F2K94 130
1622910-1 CRG0603F2M2 130
1622910-2 CRG0603F2M7 130
1622910-3 CRG0603F2R2 130
1622910-4 CRG0603F2R7 130
1622911-1 CRG0603F300K 130
1622912-1 CRG0603F300R 130
1622913-1 CRG0603F30K 130
1622914-1 CRG0603F30K1 130
1622915-1 CRG0603F30K9 130
1622916-1 CRG0603F30R 130
1622916-5 CRG0603F30R1 130
1622917-1 CRG0603F330K 130
1622917-2 CRG0603F330K/10 130
1622918-1 CRG0603F330R 130
1622919-1 CRG0603F332R 130
1622920-1 CRG0603F33K 130
1622920-2 CRG0603F33K/10 130
1622921-1 CRG0603F33K2 130
1622922-1 CRG0603F33R 130
1622923-1 CRG0603F33R2 130
1622924-1 CRG0603F34K 130
1622925-1 CRG0603F360K 130
1622926-1 CRG0603F360R 130
1622927-1 CRG0603F36K 130
1622928-1 CRG0603F36R 130
1622929-1 CRG0603F37K4 130
1622930-1 CRG0603F390K 130
1622931-1 CRG0603F390R 130
1622932-1 CRG0603F39K 130
1622933-1 CRG0603F39K2 130
1622934-1 CRG0603F39R 130
1622935-1 CRG0603F3K0 130
1622936-1 CRG0603F3K09 130
1622937-1 CRG0603F3K3 130
1622937-2 CRG0603F3K3/10 130
1622938-1 CRG0603F3K32 130
1622939-1 CRG0603F3K4 130
1622940-1 CRG0603F3K6 130
1622941-1 CRG0603F3K9 130
1622942-1 CRG0603F402K 130
1622942-5 CRG0603F402R 130
1622943-1 CRG0603F430K 130
1622944-1 CRG0603F430R 130
1622945-1 CRG0603F43K 130
1622946-1 CRG0603F43R 130
1622946-5 CRG0603F43R2 130
1622947-1 CRG0603F464R 130
1622948-1 CRG0603F470K 130
1622948-2 CRG0603F470K/10 130
1622949-1 CRG0603F470R 130
1622950-1 CRG0603F475K 130
1622951-1 CRG0603F475R 130
1622952-1 CRG0603F47K 130
1622952-2 CRG0603F47K/10 130
1622953-1 CRG0603F47K5 130
1622954-1 CRG0603F47R 130
1622955-1 CRG0603F499R 130
1622956-1 CRG0603F49K9 130
1622957-1 CRG0603F4K02 130
1622958-1 CRG0603F4K3 130
1622958-2 CRG0603F4K32 130
1622959-1 CRG0603F4K64 130
1622960-1 CRG0603F4K7 130
1622960-2 CRG0603F4K7/10 130
1622961-1 CRG0603F4K99 130
1622961-2 CRG0603F4R7 130
1622961-3 CRG0603F4M7 130
1622962-1 CRG0603F510K 130
1622963-1 CRG0603F510R 130
1622964-1 CRG0603F51K 130
1622965-1 CRG0603F51K1 130
1622966-1 CRG0603F51R 130
1622967-1 CRG0603F51R1 130
1622967-5 CRG0603F536K 130
1622968-1 CRG0603F560K 130
1622969-1 CRG0603F560R 130
1622970-1 CRG0603F56K 130
1622970-2 CRG0603F56K/10 130
1622971-1 CRG0603F56R 130
1622971-5 CRG0603F56R2 130
1622972-1 CRG0603F5K1 130

1622973-1 CRG0603F5K11 130
1622974-1 CRG0603F5K23 130
1622975-1 CRG0603F5K6 130
1622976-1 CRG0603F5K62 130
1622976-2 CRG0603F5M6 130
1622977-1 CRG0603F5R11 130
1622977-2 CRG0603F5R6 130
1622978-1 CRG0603F619R 130
1622979-1 CRG0603F61K9 130
1622980-1 CRG0603F620K 130
1622981-1 CRG0603F620R 130
1622982-1 CRG0603F62K 130
1622983-1 CRG0603F62R 130
1622983-5 CRG0603F634R 130
1622984-1 CRG0603F680K 130
1622985-1 CRG0603F680R 130
1622986-1 CRG0603F681R 130
1622987-1 CRG0603F68K 130
1622987-2 CRG0603F68K/10 130
1622987-3 CRG0603F68K1 130
1622988-1 CRG0603F68R 130
1622989-1 CRG0603F698K 130
1622990-1 CRG0603F6K2 130
1622991-1 CRG0603F6K8 130
1622992-1 CRG0603F6K81 130
1622993-1 CRG0603F6R8 130
1622994-1 CRG0603F750K 130
1622995-1 CRG0603F750R 130
1622996-1 CRG0603F75K 130
1622997-1 CRG0603F75R 130
1622997-5 CRG0603F76K8 130
1622998-1 CRG0603F7K5 130
1622999-1 CRG0603F820K 130
1623000-1 CRG0603F820R 130
1623000-2 CRG0603F820R/10 130
1623000-5 CRG0603F825K 130
1623001-1 CRG0603F825R 130
1623002-1 CRG0603F82K 130
1623002-2 CRG0603F82K/10 130
1623003-1 CRG0603F82R 130
1623003-2 CRG0603F88R7 130
1623003-5 CRG0603F82R5 130
1623004-1 CRG0603F8K2 130
1623005-1 CRG0603F8K25 130
1623006-1 CRG0603F8K87 130
1623006-2 CRG0603F8M2 130
1623006-3 CRG0603F8R2 130
1623007-1 CRG0603F909R 130
1623008-1 CRG0603F910K 130
1623009-1 CRG0603F910R 130
1623010-1 CRG0603F91K 130
1623011-1 CRG0603F91R 130
1623012-1 CRG0603F931R 130
1623012-5 CRG0603F93R1 130
1623013-1 CRG0603F9K09 130
1623014-1 CRG0603F9K1 130
1623015-1 CRG0603G100K 130
1623015-2 CRG0603G100K/10 130
1623016-1 CRG0603G180K 130
1623017-1 CRG0603G1K0/10 130
1623018-1 CRG0603G47K 130
1623019-1 CRG0603G820R 130
1623020-1 CRG0603J100K 130
1623021-1 CRG0603J100R 130
1623022-1 CRG0603J10K 130
1623022-2 CRG0603J10M 130
1623023-1 CRG0603J10R 130
1623024-1 CRG0603J110K 130
1623024-5 CRG0603J120K 130
1623025-1 CRG0603J120R 130
1623025-5 CRG0603J12K 130
1623026-1 CRG0603J130R 130
1623027-1 CRG0603J13K 130
1623028-1 CRG0603J150K 130
1623029-1 CRG0603J150R 130
1623030-1 CRG0603J15K 130
1623031-1 CRG0603J15R 130
1623032-1 CRG0603J16K 130
1623033-1 CRG0603J180R 130
1623033-5 CRG0603J180K 130
1623034-1 CRG0603J18R 130
1623034-5 CRG0603J18K 130
1623035-1 CRG0603J1K0 130
1623035-5 CRG0603J1K2 130
1623036-1 CRG0603J1K5 130
1623037-1 CRG0603J1K8 130
1623038-1 CRG0603J1M0 130
1623038-2 CRG0603J1M2 130
1623039-1 CRG0603J1M5 130
1623039-2 CRG0603J1M8 130
1623040-1 CRG0603J1R0 130
1623041-1 CRG0603J1R2 130

1623042-1 CRG0603J1R5 130
1623043-1 CRG0603J1R8 130
1623044-1 CRG0603J20R 130
1623045-1 CRG0603J220K 130
1623046-1 CRG0603J220R 130
1623047-1 CRG0603J22K 130
1623047-5 CRG0603J22R 130
1623048-1 CRG0603J270R 130
1623048-5 CRG0603J270K 130
1623049-1 CRG0603J27K 130
1623050-1 CRG0603J27R 130
1623051-1 CRG0603J2K2 130
1623052-1 CRG0603J2K4 130
1623053-1 CRG0603J2K7 130
1623053-2 CRG0603J2M0 130
1623054-1 CRG0603J2M2 130
1623054-2 CRG0603J2M21 130
1623054-3 CRG0603J2M4 130
1623054-4 CRG0603J2M7 130
1623054-5 CRG0603J2R0 130
1623055-1 CRG0603J2R2 130
1623055-2 CRG0603J2R4 130
1623056-1 CRG0603J2R7 130
1623057-1 CRG0603J330R 130
1623057-5 CRG0603J330K 130
1623058-1 CRG0603J33K 130
1623059-1 CRG0603J33R 130
1623060-1 CRG0603J360K 130
1623061-1 CRG0603J360R 130
1623062-1 CRG0603J390K 130
1623062-5 CRG0603J390R 130
1623063-1 CRG0603J39K 130
1623064-1 CRG0603J39R 130
1623065-1 CRG0603J3K0 130
1623066-1 CRG0603J3K3 130
1623067-1 CRG0603J3K6 130
1623067-5 CRG0603J3K9 130
1623068-1 CRG0603J3M3 130
1623068-2 CRG0603J3M0 130
1623068-3 CRG0603J3M6 130
1623068-4 CRG0603J3M9 130
1623068-5 CRG0603J3R0 130
1623069-1 CRG0603J3R3 130
1623069-2 CRG0603J3R6 130
1623070-1 CRG0603J3R9 130
1623071-1 CRG0603J43K 130
1623072-1 CRG0603J470K 130
1623073-1 CRG0603J470R 130
1623074-1 CRG0603J47K 130
1623075-1 CRG0603J47R 130
1623076-1 CRG0603J4K7 130
1623077-1 CRG0603J4M7 130
1623078-1 CRG0603J4R7 130
1623079-1 CRG0603J510K 130
1623080-1 CRG0603J510R 130
1623080-5 CRG0603J560K 130
1623081-1 CRG0603J56R 130
1623082-1 CRG0603J5K6 130
1623082-2 CRG0603J5M6 130
1623082-3 CRG0603J5M1 130
1623083-1 CRG0603J5R6 130
1623083-2 CRG0603J5R49 130
1623083-3 CRG0603J5R1 130
1623084-1 CRG0603J680R 130
1623084-2 CRG0603J680K 130
1623084-3 CRG0603J68K 130
1623084-4 CRG0603J68R 130
1623085-1 CRG0603J6K2 130
1623086-1 CRG0603J6K8 130
1623086-2 CRG0603J6M8 130
1623086-3 CRG0603J6M2 130
1623087-1 CRG0603J6R8 130
1623087-2 CRG0603J6R2 130
1623088-1 CRG0603J750R 130
1623089-1 CRG0603J75R 130
1623090-1 CRG0603J82K 130
1623090-2 CRG0603J820R 130
1623090-3 CRG0603J820K 130
1623091-1 CRG0603J82R 130
1623092-1 CRG0603J8K2 130
1623092-2 CRG0603J8M2 130
1623093-1 CRG0603J8R2 130
1623094-1 CRG0603ZR 130
1623095-1 CRG0805F100K 130
1623095-3 CRG0805F100K/10 130
1623096-1 CRG0805F100R 130
1623096-3 CRG0805F100R/10 130
1623097-1 CRG0805F10K 130
1623097-3 CRG0805F10K/10 130
1623098-1 CRG0805F10K5 130
1623098-2 CRG0805F10K7 130
1623099-1 CRG0805F10M 130
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1623100-1 CRG0805F10R 130
1623101-1 CRG0805F110K 130
1623102-1 CRG0805F110R 130
1623103-1 CRG0805F115K 130
1623104-1 CRG0805F11K 130
1623105-1 CRG0805F11R 130
1623105-2 CRG0805F11R4 130
1623106-1 CRG0805F120K 130
1623107-1 CRG0805F120R 130
1623108-1 CRG0805F12K 130
1623108-2 CRG0805F12M 130
1623109-1 CRG0805F12R 130
1623110-1 CRG0805F130K 130
1623111-1 CRG0805F130R 130
1623112-1 CRG0805F13K 130
1623113-1 CRG0805F13K3 130
1623114-1 CRG0805F13R 130
1623115-1 CRG0805F140K 130
1623115-5 CRG0805F14K 130
1623116-1 CRG0805F150K 130
1623117-1 CRG0805F150R 130
1623118-1 CRG0805F15K 130
1623118-2 CRG0805F15M 130
1623119-1 CRG0805F15R 130
1623120-1 CRG0805F160K 130
1623121-1 CRG0805F160R 130
1623122-1 CRG0805F169K 130
1623123-1 CRG0805F16K 130
1623123-2 CRG0805F16K9 130
1623124-1 CRG0805F16R 130
1623125-1 CRG0805F16R2 130
1623126-1 CRG0805F180K 130
1623127-1 CRG0805F180R 130
1623128-1 CRG0805F18K 130
1623129-1 CRG0805F18R 130
1623130-1 CRG0805F191K 130
1623131-1 CRG0805F1K0 130
1623131-2 CRG0805F1K0/10 130
1623132-1 CRG0805F1K1 130
1623133-1 CRG0805F1K2 130
1623134-1 CRG0805F1K21 130
1623135-1 CRG0805F1K3 130
1623136-1 CRG0805F1K33 130
1623137-1 CRG0805F1K5 130
1623138-1 CRG0805F1K6 130
1623138-2 CRG0805F1K69 130
1623139-1 CRG0805F1K62 130
1623140-1 CRG0805F1K8 130
1623141-1 CRG0805F1M0 130
1623142-1 CRG0805F1M2 130
1623143-1 CRG0805F1M3 130
1623144-1 CRG0805F1M5 130
1623145-1 CRG0805F1M8 130
1623146-1 CRG0805F1R0 130
1623146-2 CRG0805F1R2 130
1623146-3 CRG0805F1R5 130
1623146-4 CRG0805F1R8 130
1623147-1 CRG0805F200K 130
1623148-1 CRG0805F200R 130
1623149-1 CRG0805F20K 130
1623150-1 CRG0805F20R 130
1623151-1 CRG0805F210K 130
1623152-1 CRG0805F215R 130
1623153-1 CRG0805F21K5 130
1623153-2 CRG0805F21K 130
1623154-1 CRG0805F21R 130
1623155-1 CRG0805F220K 130
1623156-1 CRG0805F220R 130
1623157-1 CRG0805F22K 130
1623157-5 CRG0805F22K1 130
1623158-1 CRG0805F22R 130
1623159-1 CRG0805F232K 130
1623160-1 CRG0805F240K 130
1623161-1 CRG0805F240R 130
1623162-1 CRG0805F249K 130
1623163-1 CRG0805F24K 130
1623164-1 CRG0805F24K3 130
1623164-2 CRG0805F24K9 130
1623165-1 CRG0805F24R 130
1623166-1 CRG0805F25K5 130
1623167-1 CRG0805F261K 130
1623167-5 CRG0805F26K7 130
1623168-1 CRG0805F270K 130
1623169-1 CRG0805F270R 130
1623169-4 CRG0805F274K 130
1623170-1 CRG0805F27K 130
1623171-1 CRG0805F27R 130
1623171-2 CRG0805F27R4 130
1623172-1 CRG0805F280K 130
1623173-1 CRG0805F2K0 130
1623174-1 CRG0805F2K2 130
1623174-2 CRG0805F2K2/10 130

1623175-1 CRG0805F2K21 130
1623176-1 CRG0805F2K26 130
1623177-1 CRG0805F2K32 130
1623178-1 CRG0805F2K37 130
1623179-1 CRG0805F2K4 130
1623179-2 CRG0805F2K43 130
1623180-1 CRG0805F2K49 130
1623180-2 CRG0805F2K61 130
1623181-1 CRG0805F2K7 130
1623182-1 CRG0805F2K74 130
1623183-1 CRG0805F2M0 130
1623184-1 CRG0805F2M2 130
1623185-1 CRG0805F2M4 130
1623185-2 CRG0805F2M43 130
1623185-3 CRG0805F2M7 130
1623186-1 CRG0805F2M8 130
1623187-1 CRG0805F300K 130
1623188-1 CRG0805F300R 130
1623189-1 CRG0805F301K 130
1623190-1 CRG0805F301R 130
1623191-1 CRG0805F30K 130
1623191-2 CRG0805F30K1 130
1623192-1 CRG0805F30R 130
1623193-1 CRG0805F324K 130
1623193-5 CRG0805F324R 130
1623194-1 CRG0805F330K 130
1623195-1 CRG0805F330R 130
1623195-2 CRG0805F330R/10 130
1623196-1 CRG0805F332R 130
1623196-5 CRG0805F332K 130
1623197-1 CRG0805F33K 130
1623197-5 CRG0805F33K2 130
1623198-1 CRG0805F33R 130
1623199-1 CRG0805F340K 130
1623200-1 CRG0805F348R 130
1623201-1 CRG0805F360K 130
1623202-1 CRG0805F360R 130
1623203-1 CRG0805F36K 130
1623204-1 CRG0805F36R 130
1623205-1 CRG0805F36R5 130
1623206-1 CRG0805F383K 130
1623207-1 CRG0805F390K 130
1623208-1 CRG0805F390R 130
1623208-5 CRG0805F392R 130
1623209-1 CRG0805F39K 130
1623210-1 CRG0805F39K2 130
1623211-1 CRG0805F39R 130
1623212-1 CRG0805F3K0 130
1623213-1 CRG0805F3K01 130
1623214-1 CRG0805F3K3 130
1623214-2 CRG0805F3K3/10 130
1623214-5 CRG0805F3K32 130
1623215-1 CRG0805F3K48 130
1623216-1 CRG0805F3K6 130
1623217-1 CRG0805F3K65 130
1623218-1 CRG0805F3K9 130
1623219-1 CRG0805F3M0 130
1623220-1 CRG0805F3M3 130
1623221-1 CRG0805F3M6 130
1623221-2 CRG0805F3M9 130
1623221-3 CRG0805F3R3 130
1623221-4 CRG0805F3R9 130
1623222-1 CRG0805F3R92 130
1623223-1 CRG0805F402K 130
1623224-1 CRG0805F430K 130
1623225-1 CRG0805F430R 130
1623225-5 CRG0805F432R 130
1623226-1 CRG0805F43K 130
1623227-1 CRG0805F43R 130
1623228-1 CRG0805F44K2 130
1623229-1 CRG0805F453K 130
1623230-1 CRG0805F45R3 130
1623231-1 CRG0805F470K 130
1623232-1 CRG0805F470R 130
1623233-1 CRG0805F475R 130
1623233-2 CRG0805F475K 130
1623234-1 CRG0805F47K 130
1623234-5 CRG0805F47K5 130
1623235-1 CRG0805F47R 130
1623235-5 CRG0805F47R5 130
1623236-1 CRG0805F499K 130
1623237-1 CRG0805F499R 130
1623238-1 CRG0805F4K3 130
1623239-1 CRG0805F4K7 130
1623239-3 CRG0805F4K99 130
1623239-4 CRG0805F4K87 130
1623239-5 CRG0805F4K75 130
1623240-1 CRG0805F4M42 130
1623240-2 CRG0805F4M22 130
1623240-3 CRG0805F4M7 130
1623241-1 CRG0805F4R7 130
1623242-1 CRG0805F510K 130

1623243-1 CRG0805F510R 130
1623244-1 CRG0805F51K 130
1623245-1 CRG0805F51K1 130
1623246-1 CRG0805F51R 130
1623247-1 CRG0805F51R1 130
1623247-2 CRG0805F523R 130
1623248-1 CRG0805F53K6 130
1623249-1 CRG0805F549K 130
1623249-5 CRG0805F549R 130
1623250-1 CRG0805F54R9 130
1623251-1 CRG0805F560K 130
1623252-1 CRG0805F560R 130
1623253-1 CRG0805F562K 130
1623254-1 CRG0805F56K 130
1623255-1 CRG0805F56K2 130
1623256-1 CRG0805F56R 130
1623257-1 CRG0805F5K1 130
1623258-1 CRG0805F5K11 130
1623259-1 CRG0805F5K23 130
1623260-1 CRG0805F5K49 130
1623260-2 CRG0805F5K4 130
1623261-1 CRG0805F5K6 130
1623261-5 CRG0805F5K62 130
1623261-6 CRG0805F5M6 130
1623262-1 CRG0805F5R1 130
1623262-2 CRG0805F5R6 130
1623263-1 CRG0805F604K 130
1623264-1 CRG0805F619R 130
1623265-1 CRG0805F620K 130
1623266-1 CRG0805F620R 130
1623267-1 CRG0805F62K 130
1623268-1 CRG0805F62R 130
1623269-1 CRG0805F66R5 130
1623270-1 CRG0805F680K 130
1623271-1 CRG0805F680R 130
1623272-1 CRG0805F681R 130
1623273-1 CRG0805F68K 130
1623273-2 CRG0805F68K1 130
1623274-1 CRG0805F68R 130
1623274-2 CRG0805F68R1 130
1623275-1 CRG0805F698K 130
1623276-1 CRG0805F6K2 130
1623277-1 CRG0805F6K65 130
1623278-1 CRG0805F6K8 130
1623278-2 CRG0805F6K81 130
1623278-3 CRG0805F6M8 130
1623279-1 CRG0805F6R04 130
1623279-2 CRG0805F6R8 130
1623280-1 CRG0805F750K 130
1623281-1 CRG0805F750R 130
1623282-1 CRG0805F75K 130
1623283-1 CRG0805F75R 130
1623284-1 CRG0805F7K15 130
1623285-1 CRG0805F7K5 130
1623286-1 CRG0805F7R5 130
1623287-1 CRG0805F806K 130
1623288-1 CRG0805F820K 130
1623289-1 CRG0805F820R 130
1623289-5 CRG0805F825R 130
1623290-1 CRG0805F82K 130
1623291-1 CRG0805F82R 130
1623291-5 CRG0805F82R5 130
1623292-1 CRG0805F8K2 130
1623293-1 CRG0805F8K25 130
1623293-2 CRG0805F8M2 130
1623294-1 CRG0805F8R2 130
1623295-1 CRG0805F909K 130
1623296-1 CRG0805F910K 130
1623297-1 CRG0805F910R 130
1623298-1 CRG0805F91K 130
1623299-1 CRG0805F91R 130
1623299-4 CRG0805F95K3 130
1623300-1 CRG0805F9K09 130
1623301-1 CRG0805F9K1 130
1623301-4 CRG0805F9K31 130
1623302-1 CRG0805G180R 130
1623303-1 CRG0805G22K 130
1623304-1 CRG0805G680K 130
1623305-1 CRG0805G820R 130
1623306-1 CRG0805J100K 130
1623307-1 CRG0805J100R 130
1623308-1 CRG0805J10K 130
1623309-1 CRG0805J10M 130
1623310-1 CRG0805J10R 130
1623311-1 CRG0805J110K 130
1623312-1 CRG0805J11R 130
1623313-1 CRG0805J120R 130
1623313-2 CRG0805J120K 130
1623314-1 CRG0805J12K 130
1623315-1 CRG0805J12R 130
1623316-1 CRG0805J13K 130
1623317-1 CRG0805J13R 130

1623318-1 CRG0805J150K 130
1623319-1 CRG0805J150R 130
1623320-1 CRG0805J15K 130
1623321-1 CRG0805J15R 130
1623322-1 CRG0805J160K 130
1623323-1 CRG0805J160R 130
1623324-1 CRG0805J16K 130
1623325-1 CRG0805J180R 130
1623325-2 CRG0805J180K 130
1623326-1 CRG0805J18K 130
1623326-2 CRG0805J18R 130
1623327-1 CRG0805J1K0 130
1623328-1 CRG0805J1K2 130
1623329-1 CRG0805J1K5 130
1623330-1 CRG0805J1K8 130
1623331-1 CRG0805J1M0 130
1623332-1 CRG0805J1M2 130
1623333-1 CRG0805J1M5 130
1623334-1 CRG0805J1M8 130
1623335-1 CRG0805J1R0 130
1623336-1 CRG0805J1R2 130
1623337-1 CRG0805J1R5 130
1623338-1 CRG0805J1R8 130
1623339-1 CRG0805J20K 130
1623340-1 CRG0805J20R 130
1623341-1 CRG0805J220K 130
1623342-1 CRG0805J220R 130
1623343-1 CRG0805J22K 130
1623344-1 CRG0805J22R 130
1623345-1 CRG0805J240K 130
1623346-1 CRG0805J24R 130
1623347-1 CRG0805J270K 130
1623348-1 CRG0805J270R 130
1623349-1 CRG0805J27K 130
1623350-1 CRG0805J27R 130
1623351-1 CRG0805J2K2 130
1623352-1 CRG0805J2K4 130
1623353-1 CRG0805J2K7 130
1623354-1 CRG0805J2M2 130
1623355-1 CRG0805J2M7 130
1623356-1 CRG0805J2R2 130
1623357-1 CRG0805J2R7 130
1623358-1 CRG0805J330K 130
1623359-1 CRG0805J330R 130
1623360-1 CRG0805J33K 130
1623361-1 CRG0805J33R 130
1623362-1 CRG0805J360K 130
1623363-1 CRG0805J390K 130
1623364-1 CRG0805J390R 130
1623365-1 CRG0805J39K 130
1623366-1 CRG0805J39R 130
1623367-1 CRG0805J3K3 130
1623368-1 CRG0805J3K9 130
1623369-1 CRG0805J3M3 130
1623370-1 CRG0805J3M9 130
1623371-1 CRG0805J3R3 130
1623372-1 CRG0805J3R9 130
1623373-1 CRG0805J43R 130
1623374-1 CRG0805J470K 130
1623375-1 CRG0805J470R 130
1623376-1 CRG0805J47K 130
1623377-1 CRG0805J47R 130
1623378-1 CRG0805J4K7 130
1623379-1 CRG0805J4M7 130
1623380-1 CRG0805J4R7 130
1623381-1 CRG0805J510R 130
1623382-1 CRG0805J560K 130
1623382-2 CRG0805J560R 130
1623383-1 CRG0805J56K 130
1623384-1 CRG0805J56R 130
1623385-1 CRG0805J5K6 130
1623386-1 CRG0805J5M6 130
1623387-1 CRG0805J5R6 130
1623388-1 CRG0805J680K 130
1623389-1 CRG0805J680R 130
1623390-1 CRG0805J68R 130
1623390-2 CRG0805J68K 130
1623391-1 CRG0805J6K8 130
1623392-1 CRG0805J6M8 130
1623393-1 CRG0805J6R8 130
1623394-1 CRG0805J75K 130
1623394-2 CRG0805J75R 130
1623395-1 CRG0805J820R 130
1623395-2 CRG0805J820K 130
1623396-1 CRG0805J82K 130
1623396-2 CRG0805J82R 130
1623397-1 CRG0805J8K2 130
1623398-1 CRG0805J8M2 130
1623399-1 CRG0805J8R2 130
1623400-1 CRG0805J91K 130
1623401-1 CRG0805ZR 130
1623402-1 CRG1206F100K 130
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1623403-1 CRG1206F100R 130
1623404-1 CRG1206F10K 130
1623405-1 CRG1206F10M 130
1623406-1 CRG1206F10R 130
1623406-2 CRG1206F10R/10 130
1623407-1 CRG1206F110K 130
1623408-1 CRG1206F110R 130
1623409-1 CRG1206F11K5 130
1623410-1 CRG1206F11K8 130
1623411-1 CRG1206F11R 130
1623411-2 CRG1206F11R3 130
1623412-1 CRG1206F120K 130
1623413-1 CRG1206F120R 130
1623414-1 CRG1206F121K 130
1623415-1 CRG1206F124K 130
1623416-1 CRG1206F127R 130
1623417-1 CRG1206F12K 130
1623418-1 CRG1206F12K1 130
1623418-2 CRG1206F12M 130
1623419-1 CRG1206F12R 130
1623420-1 CRG1206F130K 130
1623421-1 CRG1206F130R 130
1623422-1 CRG1206F13K 130
1623423-1 CRG1206F13R 130
1623424-1 CRG1206F14K 130
1623424-2 CRG1206F140R 130
1623425-1 CRG1206F14K3 130
1623426-1 CRG1206F150K 130
1623426-2 CRG1206F150K/10 130
1623427-1 CRG1206F150R 130
1623428-1 CRG1206F15K 130
1623428-2 CRG1206F15M 130
1623429-1 CRG1206F15R 130
1623430-1 CRG1206F160K 130
1623431-1 CRG1206F160R 130
1623432-1 CRG1206F16K 130
1623433-1 CRG1206F16R 130
1623434-1 CRG1206F16R9 130
1623435-1 CRG1206F180K 130
1623436-1 CRG1206F180R 130
1623437-1 CRG1206F18K 130
1623437-2 CRG1206F18M 130
1623438-1 CRG1206F18R 130
1623439-1 CRG1206F19K1 130
1623440-1 CRG1206F1K0 130
1623441-1 CRG1206F1K1 130
1623441-2 CRG1206F1K1/10 130
1623441-3 CRG1206F1K13 130
1623442-1 CRG1206F1K2 130
1623442-2 CRG0805F1K2/10 130
1623443-1 CRG1206F1K21 130
1623444-1 CRG1206F1K3 130
1623445-1 CRG1206F1K33 130
1623446-1 CRG1206F1K5 130
1623446-2 CRG0805F1K5/10 130
1623447-1 CRG1206F1K6 130
1623448-1 CRG1206F1K8 130
1623449-1 CRG1206F1K96 130
1623450-1 CRG1206F1M0 130
1623450-2 CRG1206F1M2 130
1623451-1 CRG1206F1M5 130
1623451-2 CRG1206F1M8 130
1623452-1 CRG1206F1R0 130
1623452-2 CRG1206F1R2 130
1623453-1 CRG1206F1R5 130
1623454-1 CRG1206F1R8 130
1623455-1 CRG1206F200K 130
1623456-1 CRG1206F200R 130
1623457-1 CRG1206F20K 130
1623458-1 CRG1206F20R 130
1623459-1 CRG1206F220K 130
1623460-1 CRG1206F220R 130
1623461-1 CRG1206F22K 130
1623461-2 CRG1206F22K1 130
1623462-1 CRG1206F22K6 130
1623462-2 CRG1206F22M 130
1623463-1 CRG1206F22R 130
1623464-1 CRG1206F240K 130
1623465-1 CRG1206F240R 130
1623466-1 CRG1206F249R 130
1623467-1 CRG1206F24K 130
1623468-1 CRG1206F24R 130
1623469-1 CRG1206F270K 130
1623470-1 CRG1206F270R 130
1623471-1 CRG1206F27K 130
1623471-4 CRG1206F27K4 130
1623472-1 CRG1206F27R 130
1623473-1 CRG1206F29K4 130
1623474-1 CRG1206F2K0 130
1623475-1 CRG1206F2K2 130
1623476-1 CRG1206F2K37 130
1623477-1 CRG1206F2K4 130

1623478-1 CRG1206F2K7 130
1623478-4 CRG1206F2K74 130
1623479-1 CRG1206F2M0 130
1623480-1 CRG1206F2M2 130
1623480-2 CRG1206F2M7 130
1623481-1 CRG1206F2R2 130
1623481-2 CRG1206F2R0 130
1623482-1 CRG1206F2R7 130
1623483-1 CRG1206F300K 130
1623484-1 CRG1206F300R 130
1623484-5 CRG1206F301K 130
1623485-1 CRG1206F30K 130
1623486-1 CRG1206F30R 130
1623487-1 CRG1206F330K 130
1623487-2 CRG1206F330K/10 130
1623488-1 CRG1206F330R 130
1623488-2 CRG1206F330R/10 130
1623489-1 CRG1206F33K 130
1623490-1 CRG1206F33R 130
1623491-1 CRG1206F357R 130
1623492-1 CRG1206F360K 130
1623493-1 CRG1206F360R 130
1623494-1 CRG1206F36K 130
1623495-1 CRG1206F36R 130
1623496-1 CRG1206F390K 130
1623497-1 CRG1206F390R 130
1623497-2 CRG1206F392R 130
1623498-1 CRG1206F39K 130
1623499-1 CRG1206F39R 130
1623500-1 CRG1206F3K0 130
1623500-2 CRG1206F3K0/10 130
1623501-1 CRG1206F3K01 130
1623502-1 CRG1206F3K3 130
1623503-1 CRG1206F3K57 130
1623503-2 CRG1206F3K3/10 130
1623504-1 CRG1206F3K6 130
1623505-1 CRG1206F3K9 130
1623506-1 CRG1206F3M3 130
1623506-2 CRG1206F3M9 130
1623506-3 CRG1206F3R3 130
1623507-1 CRG1206F3R9 130
1623508-1 CRG1206F3R92 130
1623509-1 CRG1206F422R 130
1623510-1 CRG1206F430K 130
1623511-1 CRG1206F430R 130
1623512-1 CRG1206F43K 130
1623513-1 CRG1206F43K2 130
1623514-1 CRG1206F43R 130
1623515-1 CRG1206F44K2 130
1623516-1 CRG1206F470K 130
1623517-1 CRG1206F470R 130
1623517-2 CRG1206F470R/10 130
1623518-1 CRG1206F47K 130
1623518-5 CRG1206F47K5 130
1623519-1 CRG1206F47R 130
1623519-2 CRG1206F47R/10 130
1623520-1 CRG1206F499R 130
1623520-2 CRG1206F499K 130
1623521-1 CRG1206F49K9 130
1623522-1 CRG1206F4K02 130
1623523-1 CRG1206F4K3 130
1623524-1 CRG1206F4K64 130
1623525-1 CRG1206F4K7 130
1623525-5 CRG1206F4K75 130
1623526-1 CRG1206F4K99 130
1623527-1 CRG1206F4M7 130
1623528-1 CRG1206F4R7 130
1623528-2 CRG1206F4R99 130
1623529-1 CRG1206F510K 130
1623530-1 CRG1206F510R 130
1623531-1 CRG1206F51K 130
1623532-1 CRG1206F51R 130
1623532-2 CRG1206F52K3 130
1623533-1 CRG1206F54R9 130
1623534-1 CRG1206F560K 130
1623535-1 CRG1206F560R 130
1623536-1 CRG1206F56K 130
1623537-1 CRG1206F56R 130
1623538-1 CRG1206F5K1 130
1623539-1 CRG1206F5K23 130
1623540-1 CRG1206F5K36 130
1623541-1 CRG1206F5K6 130
1623542-1 CRG1206F5K9 130
1623542-2 CRG1206F5M6 130
1623542-3 CRG1206F5R6 130
1623543-1 CRG1206F60R4 130
1623544-1 CRG1206F620K 130
1623545-1 CRG1206F620R 130
1623546-1 CRG1206F62K 130
1623547-1 CRG1206F62R 130
1623548-1 CRG1206F680K 130
1623549-1 CRG1206F680R 130

1623550-1 CRG1206F68K 130
1623551-1 CRG1206F68R 130
1623552-1 CRG1206F6K19 130
1623553-1 CRG1206F6K2 130
1623554-1 CRG1206F6K8 130
1623555-1 CRG1206F6K81 130
1623556-1 CRG1206F6M8 130
1623557-1 CRG1206F6R8 130
1623558-1 CRG1206F715R 130
1623559-1 CRG1206F750K 130
1623560-1 CRG1206F750R 130
1623561-1 CRG1206F75K 130
1623562-1 CRG1206F75R 130
1623563-1 CRG1206F768R 130
1623564-1 CRG1206F787R 130
1623565-1 CRG1206F7K5 130
1623565-2 CRG1206F7K5/10 130
1623566-1 CRG1206F7K87 130
1623567-1 CRG1206F820K 130
1623568-1 CRG1206F820R 130
1623569-1 CRG1206F82K 130
1623570-1 CRG1206F82R 130
1623571-1 CRG1206F86R6 130
1623572-1 CRG1206F887R 130
1623573-1 CRG1206F8K2 130
1623573-2 CRG1206F8M2 130
1623573-3 CRG1206F8R2 130
1623574-1 CRG1206F910K 130
1623575-1 CRG1206F910R 130
1623576-1 CRG1206F91K 130
1623577-1 CRG1206F91R 130
1623578-1 CRG1206F95R3 130
1623579-1 CRG1206F9K1 130
1623580-1 CRG1206G120R 130
1623581-1 CRG1206G1M5 130
1623582-1 CRG1206G200K 130
1623583-1 CRG1206G220R 130
1623584-1 CRG1206G36K 130
1623585-1 CRG1206G390R 130
1623586-1 CRG1206G3K0 130
1623587-1 CRG1206G51R 130
1623588-1 CRG1206G680R 130
1623589-1 CRG1206G6K8 130
1623590-1 CRG1206G91K 130
1623591-1 CRG1206J100K 130
1623591-2 CRG1206J100K/10 130
1623592-1 CRG1206J100R 130
1623593-1 CRG1206J10K 130
1623594-1 CRG1206J10M 130
1623595-1 CRG1206J10R 130
1623596-1 CRG1206J120K 130
1623597-1 CRG1206J120R 130
1623598-1 CRG1206J12K 130
1623599-1 CRG1206J12R 130
1623600-1 CRG1206J13R 130
1623601-1 CRG1206J150K 130
1623602-1 CRG1206J150R 130
1623603-1 CRG1206J15K 130
1623603-2 CRG1206J15R 130
1623604-1 CRG1206J160K 130
1623605-1 CRG1206J160R 130
1623606-1 CRG1206J16K 130
1623607-1 CRG1206J16R 130
1623608-1 CRG1206J180K 130
1623609-1 CRG1206J180R 130
1623610-1 CRG1206J18K 130
1623610-2 CRG1206J18R 130
1623611-1 CRG1206J1K0 130
1623612-1 CRG1206J1K1 130
1623613-1 CRG1206J1K2 130
1623613-2 CRG1206J1K2/10 130
1623614-1 CRG1206J1K5 130
1623615-1 CRG1206J1K6 130
1623615-2 CRG1206J1K8 130
1623616-1 CRG1206J1M0 130
1623617-1 CRG1206J1M2 130
1623618-1 CRG1206J1M5 130
1623619-1 CRG1206J1M8 130
1623620-1 CRG1206J1R0 130
1623621-1 CRG1206J1R2 130
1623621-2 CRG1206J1R5 130
1623621-3 CRG1206J1R8 130
1623622-1 CRG1206J200K 130
1623623-1 CRG1206J20K 130
1623624-1 CRG1206J220K 130
1623625-1 CRG1206J220R 130
1623626-1 CRG1206J22K 130
1623627-1 CRG1206J22R 130
1623627-2 CRG1206J22M 130
1623628-1 CRG1206J240R 130
1623629-1 CRG1206J270K 130
1623630-1 CRG1206J270R 130

1623631-1 CRG1206J27K 130
1623631-2 CRG1206J27K/10 130
1623632-1 CRG1206J27R 130
1623633-1 CRG1206J2K0 130
1623634-1 CRG1206J2K2 130
1623634-2 CRG1206J2K2/10 130
1623635-1 CRG1206J2K7 130
1623636-1 CRG1206J2M0 130
1623637-1 CRG1206J2M2 130
1623638-1 CRG1206J2M7 130
1623639-1 CRG1206J2R2 130
1623640-1 CRG1206J2R7 130
1623641-1 CRG1206J330K 130
1623642-1 CRG1206J330R 130
1623643-1 CRG1206J33K 130
1623644-1 CRG1206J33R 130
1623645-1 CRG1206J36R 130
1623646-1 CRG1206J390R 130
1623646-2 CRG1206J390K 130
1623647-1 CRG1206J39K 130
1623648-1 CRG1206J39R 130
1623649-1 CRG1206J3K3 130
1623649-2 CRG1206J3K3/10 130
1623650-1 CRG1206J3K9 130
1623651-1 CRG1206J3M9 130
1623652-1 CRG1206J3R0 130
1623652-2 CRG1206J3R3 130
1623653-1 CRG1206J3R9 130
1623654-1 CRG1206J430R 130
1623655-1 CRG1206J43K 130
1623656-1 CRG1206J470K 130
1623657-1 CRG1206J470R 130
1623658-1 CRG1206J47K 130
1623659-1 CRG1206J47R 130
1623660-1 CRG1206J4K3 130
1623661-1 CRG1206J4K7 130
1623662-1 CRG1206J4M7 130
1623663-1 CRG1206J4R7 130
1623664-1 CRG1206J510K 130
1623664-5 CRG1206J510R 130
1623665-1 CRG1206J51K 130
1623666-1 CRG1206J51R 130
1623667-1 CRG1206J560K 130
1623668-1 CRG1206J560R 130
1623669-1 CRG1206J56K 130
1623670-1 CRG1206J56R 130
1623671-1 CRG1206J5K1 130
1623672-1 CRG1206J5K6 130
1623673-1 CRG1206J5R1 130
1623674-1 CRG1206J5R6 130
1623675-1 CRG1206J62R 130
1623676-1 CRG1206J680K 130
1623677-1 CRG1206J680R 130
1623678-1 CRG1206J68K 130
1623679-1 CRG1206J68R 130
1623680-1 CRG1206J6K8 130
1623681-1 CRG1206J6M8 130
1623682-1 CRG1206J6R2 130
1623683-1 CRG1206J6R8 130
1623684-1 CRG1206J750K 130
1623685-1 CRG1206J750R 130
1623686-1 CRG1206J7R5 130
1623687-1 CRG1206J820R 130
1623687-2 CRG1206J820K 130
1623688-1 CRG1206J82K 130
1623689-1 CRG1206J82R 130
1623690-1 CRG1206J8K2 130
1623691-1 CRG1206J8R2 130
1623692-1 CRG1206J910R 130
1623693-1 CRG1206ZR 130
1623693-2 CRG1206ZR/10 130
1623694-1 CRG1210J1K8 130
1623695-1 CRG2010F1R2 130
1623695-2 CRG2010F220R 130
1623695-3 CRG2010F27K 130
1623695-4 CRG2010F2K2 130
1623695-5 CRG2010J10K 130
1623695-6 CRG2010J220R 130
1623695-7 CRG2010J4R7 130
1623695-8 CRG2010J2K4 130
1623696-1 CRG2512F100R 130
1623696-2 CRG2512J100K 130
1623696-3 CRG2512J10R 130
1623696-4 CRG2512J120R 130
1623696-5 CRG2512J12R 130
1623696-6 CRG2512J150K 130
1623696-7 CRG2512J150R 130
1623696-8 CRG2512J18K 130
1623696-9 CRG2512J1K0 130
1623702-1 CPG0402D1K96C 12
1623703-1 CPG0603D1K0C 12
1623703-2 CPG0603D1K21C 12
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1623703-3 CPG0603D3K4C 12
1623703-4 CPG0603F162RC 12
1623703-5 CPG0603F1M0C 12
1623703-6 CPG0603F274RC 12
1623703-7 CPG0603F332KC 12
1623703-8 CPG0603F392KC 12
1623703-9 CPG0603F750KC 12
1623704-1 CPG0805D121RC 12
1623704-2 CPG0805D1K21C 12
1623704-3 CPG0805D1K5C 12
1623704-4 CPG0805D2K55C 12
1623704-5 CPG0805D360KC 12
1623704-6 CPG0805D549RC 12
1623704-7 CPG0805D976RC 12
1623704-8 CPG0805D49R9C 12
1623704-9 CPG0805D18R2C 12
1623705-1 CPG1206D3K48C 12
1623705-2 CPG1206F100KC 12
1623705-3 CPG1206F11KC 12
1623705-4 CPG1206F15K4C 12
1623705-5 CPG1206F162KC 12
1623705-6 CPG1206F1K0C 12
1623705-7 CPG1206F3K65C 12
1623705-8 CPG1206F4K87C 12
1623705-9 CPG1206F5K11C 12
1623707-1 TCR0805L4K7 135
1623707-2 TCR0805P22R 135
1623707-3 TCR0805P47K 135
1623708-1 RGP0207CHJ100M 111
1623708-2 RGP0207CHJ10M 111
1623708-3 RGP0207CHJ15M 111
1623708-4 RGP0207CHJ1M5 111
1623708-5 RGP0207CHJ22M 111
1623708-6 RGP0207CHJ33M 111
1623708-7 RGP0207CHJ470M 111
1623708-8 RGP0207CHJ47M 111
1623708-9 RGP0207CHJ4M7 111
1623709-1 FCA10270RJ 50
1623709-2 FCA105K6K 50
1623709-3 FCA210RJ 50
1623709-4 FCA2150RJ 50
1623709-5 FCA2180RJ 50
1623709-6 FCA21K0J 50
1623709-7 FCA21K5J 50
1623709-8 FCA21R0J 50
1623709-9 FCA21R2K 50
1623710-1 FCA610RJ 50
1623710-2 FCA610RK 50
1623710-3 FCA615RJ 50
1623710-4 FCA618RJ 50
1623710-5 FCA61K0K 50
1623710-6 FCA61R0J 50
1623710-7 FCA620KJ 50
1623710-8 FCA622RJ 50
1623710-9 FCA6270RJ 50
1623711-1 FCA8100RJ 50
1623711-2 FCA81K0K 50
1623711-3 FCA82K7K 50
1623711-4 FCA82R2J 50
1623711-5 FCA82R7J 50
1623711-6 FCA833RK 50
1623711-7 FCA8680RJ 50
1623711-8 FCA868RJ 50
1623711-9 FCA85R6J 50
1623712-1 FCB1015RK 50
1623712-2 FCB101K0J 50
1623712-3 FCB101K2K 50
1623712-4 FCB1022RK 50
1623712-5 FCB10270RK 50
1623712-6 FCB102K2K 50
1623712-7 FCB102R2K 50
1623712-8 FCB1030RJ 50
1623712-9 FCB10390RK 50
1623713-1 FCB2100RJ 50
1623713-2 FCB215RJ 50
1623713-3 FCB2180RJ 50
1623713-4 FCB2180RK 50
1623713-5 FCB21K0J 50
1623713-6 FCB21K0K 50
1623713-7 FCB21R0J 50
1623713-8 FCB21R0K 50
1623713-9 FCB2220RK 50
1623714-1 FCB4100RJ 50
1623714-2 FCB410KJ 50
1623714-3 FCB410RJ 50
1623714-4 FCB4120RJ 50
1623714-5 FCB412RJ 50
1623714-6 FCB4150RJ 50
1623714-7 FCB415RJ 50
1623714-8 FCB418RJ 50
1623714-9 FCB41K0J 50
1623715-1 FCB610KJ 50

1623715-2 FCB6150RK 50
1623715-3 FCB61K0J 50
1623715-4 FCB61K2K 50
1623715-5 FCB61K5K 50
1623715-6 FCB6220RJ 50
1623715-7 FCB6220RK 50
1623715-8 FCB6270RK 50
1623715-9 FCB6330RK 50
1623716-1 FCB8100RJ 50
1623716-2 FCB815RK 50
1623716-3 FCB81K8J 50
1623716-4 FCB85R6K 50
1623716-5 FCB824KK 50
1623716-6 FCB822KJ 50
1623719-1 CCR1100KKTB 150
1623719-2 CCR122KKTB 150
1623719-3 CCR133RKTB 150
1623719-4 CCR122RKTB 150
1623720-1 CCR2100RKB 150
1623720-2 CCR210KKB 150
1623720-3 CCR210RKB 150
1623720-4 CCR21K0KB 150
1623720-5 CCR2220RKB 150
1623720-6 CCR222KKB 150
1623720-7 CCR222RKB 150
1623720-8 CCR2470RKB 150
1623720-9 CCR247KKB 150
1623721-1 BCV SUPPORT PILLARS 54
1623722-1 SBCH1110KJ 54
1623722-2 SBCH111R5J 54
1623722-3 SBCH112R2J 54
1623722-4 SBCH1133RJ 54
1623723-2 SBCH151K5J 54
1623724-1 SBCH4100RJ 54
1623724-2 SBCH410RJ 54
1623724-3 SBCH4220RJ 54
1623724-4 SBCH422RJ 54
1623724-5 SBCH4270RJ 54
1623724-6 SBCH433RJ 54
1623724-7 SBCH43R3F 54
1623724-8 SBCH4470RJ 54
1623724-9 SBCH4560RJ 54
1623725-1 SBCH510KJ 54
1623725-5 SBCH53R9J 54
1623726-1 SBCH6120RJ 54
1623726-2 SBCH6150RJ 54
1623726-3 SBCH615KJ 54
1623726-4 SBCH62R61J 54
1623726-5 SBCH633RJ 54
1623726-6 SBCH618KJ 54
1623726-7 SBCH6470RJ 54
1623727-1 SBCH74K7J 54
1623727-2 SBCH722RJ 54
1623727-3 SBCH7220RJ 54
1623727-4 SBCH7100RJ 54
1623728-1 SBCHE11100RJ 54
1623728-2 SBCHE1110KJ 54
1623728-3 SBCHE1110RJ 54
1623728-4 SBCHE11150RJ 54
1623728-5 SBCHE1115KJ 54
1623728-6 SBCHE1115RJ 54
1623728-7 SBCHE111K0J 54
1623728-8 SBCHE111K5J 54
1623728-9 SBCHE111R0K 54
1623729-1 SBCHE15100RJ 54
1623729-2 SBCHE1510KJ 54
1623729-3 SBCHE1510RJ 54
1623729-4 SBCHE15150RJ 54
1623729-5 SBCHE1515KJ 54
1623729-6 SBCHE1515RJ 54
1623729-7 SBCHE151K0J 54
1623729-8 SBCHE151K5J 54
1623729-9 SBCHE151R0K 54
1623730-1 SBCHE4100RJ 54
1623730-2 SBCHE410RJ 54
1623730-3 SBCHE4150RJ 54
1623730-4 SBCHE415RJ 54
1623730-5 SBCHE41K0J 54
1623730-6 SBCHE41K5J 54
1623730-7 SBCHE41R0K 54
1623730-8 SBCHE41R5K 54
1623730-9 SBCHE4220RJ 54
1623731-1 SBCHE510KJ 54
1623731-2 SBCHE5R025K 54
1623732-1 SBCHE6100RJ 54
1623732-2 SBCHE610KJ 54
1623732-3 SBCHE610RJ 54
1623732-4 SBCHE6120RJ 54
1623732-5 SBCHE612KJ 54
1623732-6 SBCHE612RJ 54
1623732-7 SBCHE6150RJ 54
1623732-8 SBCHE615KJ 54

1623732-9 SBCHE615RJ 54
1623733-1 SBCHE7150RJ 54
1623733-2 SBCHE7270RJ 54
1623733-3 SBCHE739RJ 54
1623733-4 SBCHE73R3J 54
1623733-5 SBCHE782RJ 54
1623733-6 SBCHE7220RJ 54
1623733-7 SBCHE715KJ 54
1623733-8 SBCHE73R3K 54
1623734-1 SBCV85R6J 54
1623734-2 SBCV1510RJ 54
1623734-3 SBCV1522KK 54
1623734-4 SBCV63R9K 54
1623740-1 SBC1147RK 54
1623740-7 SBC1533RJ 54
1623740-8 SBC1110RK 54
1623741-1 SBC210RJ 54
1623741-2 SBC2220RJ 54
1623741-3 SBC2R22J 54
1623742-1 SBC4100RJ 54
1623742-2 SBC410RJ 54
1623742-3 SBC4150RJ 54
1623742-4 SBC415RJ 54
1623742-5 SBC41K0J 54
1623742-6 SBC41R0J 54
1623742-7 SBC4220RJ 54
1623742-8 SBC422RJ 54
1623742-9 SBC42R2J 54
1623743-1 SBC622RJ 54
1623746-1 ER74100RJT 58
1623746-2 ER7410KJT 58
1623746-3 ER7410RJT 58
1623746-4 ER74120RJT 58
1623746-5 ER7412RJT 58
1623746-6 ER74150RJT 58
1623746-7 ER7415RJT 58
1623746-8 ER74160RJT 58
1623746-9 ER74180RJT 58
1623747-9 ER7418RJT 58
1623748-1 ER1610RJL 58
1623748-2 ER16150RGL 58
1623748-4 ER16200RJL 58
1623748-5 ER1622KGL 58
1623748-6 ER1622KJL 58
1623748-7 ER1627KGL 58
1623748-8 ER16330RJL 58
1623748-9 ER1639KGL 58
1623749-1 ER1710RJL 58
1623749-2 ER1713KJL 58
1623749-3 ER1715RJL 58
1623749-4 ER1716RJL 58
1623749-5 ER171R0JL 58
1623749-6 ER1722KJL 58
1623749-7 ER1722RJL 58
1623749-8 ER1724RJL 58
1623749-9 ER1727KJL 58
1623750-1 ER58100RJT 58
1623750-2 ER5810KJT 58
1623750-3 ER5810RJT 58
1623750-4 ER58120RJT 58
1623750-5 ER58150RJT 58
1623750-6 ER5815KJT 58
1623750-7 ER5815RJT 58
1623750-8 ER58180RJT 58
1623750-9 ER581K0JT 58
1623751-1 ER662R7JT 58
1623752-1 ERV58120RJ6P 58
1623752-2 ERV5815RJ6P 58
1623752-3 ERV581K8J6P 58
1623752-4 ERV58220RJ6P 58
1623752-6 ERV58330RJ6P 58
1623752-7 ERV5833RJ6P 58
1623752-8 ERV58390RJ6P 58
1623752-9 ERV58470RJ6P 58
1623756-1 23ESA102MLA50N 234
1623757-1 23ESA102MMF50N 234
1623758-1 23ESA102MWA50N 234
1623759-1 23ESA103MLA50N 234
1623760-1 23ESA103MMF50N 234
1623760-3 23ESA103MSA50N 234
1623761-1 23ESA103MWA50N 234
1623762-1 23ESA104MLA50N 234
1623763-1 23ESA104MMF50N 234
1623764-1 23ESA104MWA50N 234
1623765-1 23ESA105MGA50N 234
1623766-1 23ESA105MLA50N 234
1623767-1 23ESA105MMF50N 234
1623768-1 23ESA105MWA50N 234
1623769-1 23ESA222MLA50N 234
1623771-1 C3A100RGT 56
1623771-2 C3A100RJT 56
1623771-3 C3A10KJT 56

1623771-5 C3A10RJT 56
1623771-6 C3A120RJT 56
1623771-7 C3A150RJT 56
1623771-8 C3A15RJT 56
1623771-9 C3A160RJT 56
1623772-1 C7100RGT 56
1623772-2 C7100RJT 56
1623772-3 C710KJT 56
1623772-4 C710RGT 56
1623772-5 C710RJT 56
1623772-6 C7120RGT 56
1623772-7 C7120RJT 56
1623772-8 C712KJT 56
1623772-9 C712RJT 56
1623773-2 C10150RJL 56
1623773-3 C1018KJL 56
1623773-4 C101K2JL 56
1623773-5 C103R6JL 56
1623773-6 C104R7JL 56
1623773-7 C10100RJL 56
1623773-8 C1010KJL 56
1623773-9 C1015KJL 56
1623774-1 C14180RGL 56
1623774-2 C14180RJL 56
1623774-3 C1418KJL 56
1623774-4 C1422RJL 56
1623774-5 C142R7JL 56
1623774-6 C14390RJL 56
1623774-7 C1439RJL 56
1623774-8 C1447RJL 56
1623774-9 C14560RJL 56
1623775-1 MPC108100J 72
1623775-2 MPC108103J 72
1623775-3 MPC1081R0J 72
1623775-4 MPC108200J 72
1623775-5 MPC108500J 72
1623775-6 MPC1085R0J 72
1623776-1 MPC52100J 72
1623776-2 MPC52101J 72
1623776-3 MPC52102J 72
1623776-4 MPC52103J 72
1623776-5 MPC52150J 72
1623776-6 MPC521R0J 72
1623776-7 MPC521R8J 72
1623776-8 MPC52200J 72
1623776-9 MPC52201J 72
1623777-1 MPC75100J 72
1623777-2 MPC75103J 72
1623777-3 MPC75500J 72
1623777-4 MPC75501J 72
1623777-5 MPC7568RJ 72
1623777-6 MPC75201J 72
1623778-1 SPS1027KJ 51
1623778-3 SPS727KJ 51
1623778-4 SPS715KJ 51
1623778-5 SPS7R68J 51
1623778-6 SPSR102K2J 51
1623779-1 SQBW40150RJ 51
1623779-4 SQBW4047RJ 51
1623779-5 SQBW2010RJ 51
1623779-6 SQBW4010RJ 51
1623779-8 SQBW3010RJ 51
1623780-1 SQHW40150RJ 51
1623781-1 SQMR1027KK 51
1623781-2 SQMR1047KJ 51
1623781-3 SQMR1075KJ 51
1623781-4 SQMR2150RJ 51
1623781-5 SQMR2470RJ 51
1623781-6 SQMR3100KG 51
1623781-7 SQMR3270RJ 51
1623781-8 SQMR1033KJ 51
1623781-9 SQMR1010KJ 51
1623782-1 SQMR510KJ 51
1623782-2 SQMR511KJ 51
1623782-3 SQMR515KJ 51
1623782-4 SQMR51K0J 51
1623782-5 SQMR51K5J 51
1623782-6 SQMR5220RJ 51
1623782-7 SQMR522KJ 51
1623782-8 SQMR52K2J 51
1623782-9 SQMR530KJ 51
1623783-1 SQMR710KJ 51
1623783-2 SQMR715KJ 51
1623783-3 SQMR718KJ 51
1623783-4 SQMR71K0J 51
1623783-5 SQMR71K5J 51
1623783-6 SQMR7220RJ 51
1623783-7 SQMR722KJ 51
1623783-8 SQMR72K2J 51
1623783-9 SQMR733KJ 51
1623784-1 SQMVRL227KJ 51
1623785-1 SQMW10100RJ 51
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1623785-2 SQMW1010RJ 51
1623785-3 SQMW101R0J 51
1623785-4 SQMW1047RJ 51
1623785-5 SQMW1015RJ 51
1623785-6 SQMW10R68J 51
1623785-7 SQMW1075RJ 51
1623786-1 SQMW210RJ 51
1623786-2 SQMW24R7J 51
1623787-1 SQMW310RJ 51
1623787-2 SQMW322RJ 51
1623787-3 SQMW32R0J 51
1623787-4 SQMW3R10J 51
1623787-6 SQMW3R47K 51
1623787-7 SQMW3R36J 51
1623787-8 SQMW3R56J 51
1623787-9 SQMW3150RJ 51
1623788-1 SQMW5100RJ 51
1623788-2 SQMW510RJ 51
1623788-3 SQMW5120RJ 51
1623788-4 SQMW512RJ 51
1623788-5 SQMW5130RJ 51
1623788-6 SQMW5150RJ 51
1623788-7 SQMW515RJ 51
1623788-8 SQMW518RJ 51
1623788-9 SQMW51R0J 51
1623789-1 SQMW7100RJ 51
1623789-2 SQMW710RJ 51
1623789-3 SQMW7130RJ 51
1623789-4 SQMW7150RJ 51
1623789-5 SQMW715RJ 51
1623789-6 SQMW7180RJ 51
1623789-7 SQMW71R0J 51
1623789-8 SQMW7220RJ 51
1623789-9 SQMW722RJ 51
1623790-1 SQMWS10100RJ 51
1623790-2 SQMWS1010RJ 51
1623790-3 SQMWS1047RJ 51
1623790-4 SQMWS108K0F 51
1623791-1 SQPR1010KJ 51
1623791-2 SQPR1015KG 51
1623791-3 SQPR101K0J 51
1623791-4 SQPR104K7J 51
1623792-1 SQPR2620RJ 51
1623793-1 SQPR510KJ 51
1623793-2 SQPR515KJ 51
1623793-3 SQPR51K0J 51
1623793-4 SQPR51K5J 51
1623793-5 SQPR522KJ 51
1623793-6 SQPR5240RJ 51
1623793-7 SQPR527KJ 51
1623793-8 SQPR52K2J 51
1623793-9 SQPR5330RJ 51
1623794-1 SQPR710KJ 51
1623794-2 SQPR71K0J 51
1623794-3 SQPR722KJ 51
1623794-4 SQPR7470RJ 51
1623794-5 SQPR75K6J 51
1623794-6 SQPR7560RJ 51
1623795-1 SQPW10100RJ 51
1623795-2 SQPW1010RJ 51
1623795-3 SQPW1015RJ 51
1623795-4 SQPW101R0J 51
1623795-5 SQPW10220RJ 51
1623795-6 SQPW1022RJ 51
1623795-7 SQPW102R2J 51
1623795-8 SQPW1033RJ 51
1623795-9 SQPW103R3J 51
1623796-1 SQT727KJ 51
1623797-1 SQZW1010RJ 51
1623797-2 SQZW1027RJ 51
1623797-4 SQZW1047RJ 51
1623797-6 SQZW106R8J 51
1623797-7 SQZW108R2J 51
1623797-9 SQZ1033RJ 51
1623798-1 SQZ154R7K 51
1623799-1 SQZ2010RJ 51
1623799-2 SQZ2015RJ 51
1623799-3 SQZ2018KG 51
1623799-4 SQZ204R7J 51
1623799-5 SQZ208R2J 51
1623799-6 SQZ203R9J 51
1623799-7 SQZ206R8J 51
1623799-8 SQZ2018RJ 51
1623800-1 SQZ7R47K 51
1623800-2 SQZ7100RJ 51
1623801-1 SQZR1022KJ 51
1623802-1 SQZR152K0J 51
1623802-3 SQZR1515KJ 51
1623802-4 SQZR155KJ 51
1623803-1 SQZR715KJ 51
1623803-2 SQZR722KJ 51
1623803-3 SQZR733KJ 51

1623803-4 SQZR7680RJ 51
1623803-5 SQZR710KJ 51
1623803-6 SQZR71K0J 51
1623803-7 SQZR72K2J 51
1623803-8 SQZR7470RJ 51
1623803-9 SQZR747KJ 51
1623804-1 SQZW1015RJ 51
1623804-2 SQZW1033RJ 51
1623804-3 SQZW103R9J 51
1623804-4 SQZW104R7J 51
1623804-5 SQZW1022RJ 51
1623804-6 SQZW10150RJ 51
1623804-7 SQZW10180RJ 51
1623805-1 SQZW154R7K 51
1623806-1 SQZW2012RJ 51
1623807-1 SQZW510RJ 51
1623807-2 SQZW5R15J 51
1623807-3 SQZW5R22J 51
1623807-4 SQZW5R39J 51
1623807-5 SQZW5R51J 51
1623807-6 SQZW51R5J 51
1623807-7 SQZW5R27J 51
1623807-8 SQZW5R18J 51
1623807-9 SQZW52R2J 51
1623808-1 SQZW71R0J 51
1623808-2 SQZW7220RJ 51
1623808-3 SQZW73R3J 51
1623808-4 SQZW7R10J 51
1623808-5 SQZW7R22J 51
1623808-6 SQZW7R47J 51
1623808-7 SQZW7100RJ 51
1623808-8 SQZW710RJ 51
1623808-9 SQZW7130RJ 51
1623809-1 MPR20A1R0J 80
1623809-2 MPR20A2R2J 80
1623809-3 MPR20A3R3J 80
1623809-4 MPR20A4R7J 80
1623809-5 MPR20C100RJ 80
1623809-6 MPR20C10KJ 80
1623809-7 MPR20C10RJ 80
1623809-8 MPR20C15KJ 80
1623809-9 MPR20C15RJ 80
1623810-1 ME1801K25JHF 66
1623810-2 ME130150RJ 66
1623811-1 ME22022RJH 66
1623812-1 ME3050RJTB 66
1623813-1 ME3802K856JH 66
1623814-1 ME90S2K7JV 66
1623814-2 ME90L1K0J 66
1623815-1 MF13015KJC 66
1623816-1 MT90L1R1K 66
1623816-2 MT90L1R1KV 66
1623817-1 BDS2A60010KK 78
1623817-2 BDS2A600220RJ 78
1623817-3 BDS2A60022RK 78
1623817-4 BDS2A6008R0K 78
1623819-1 SBL4R005F 34
1623819-2 SBL4R005J 34
1623819-3 SBL4R015F 34
1623819-4 SBL4R015J 34
1623819-5 SBL4R018J 34
1623819-6 SBL4R01F 34
1623819-7 SBL4R01J 34
1623819-8 SBL4R022F 34
1623819-9 SBL4R022J 34
1623821-1 CFH500B3R0J 102
1623821-2 CFH750A120RJ 102
1623821-3 CFH750A220RJ 102
1623821-4 CFH350A43RJ 102
1623821-5 CFH750A24RJ 102
1623821-6 CFH500A3R0J 102
1623824-1 MPH34382510RBK 84
1623824-2 MPH3438251R0BK 84
1623824-3 MPH343825R001JA 84
1623824-4 MPH343825R002JA 84
1623824-5 MPH343825R015JK 84
1623824-6 MPH343825R01BK 84
1623824-7 MPH343825R10BK 84
1623824-8 MPH343825R12DA 84
1623824-9 MPH343825R30BA 84
1623831-1 470100K 198
1623831-2 470200K 198
1623831-3 470500K 198
1623831-4 470101K 198
1623831-5 470201K 198
1623831-6 470501K 198
1623831-7 470102K 198
1623831-8 470202K 198
1623831-9 470502K 198
1623836-1 4295P100K 208
1623836-2 4295P200K 208
1623836-3 4295P500K 208

1623836-4 4295P101K 208
1623836-5 4295P201K 208
1623836-6 4295P501K 208
1623836-7 4295P102K 208
1623836-8 4295P202K 208
1623836-9 4295P502K 208
1623837-1 4295M100K 208
1623837-2 4295M200K 208
1623837-3 4295M500K 208
1623837-4 4295M101K 208
1623837-5 4295M201K 208
1623837-6 4295M501K 208
1623837-7 4295M102K 208
1623837-8 4295M202K 208
1623837-9 4295M502K 208
1623838-1 4295X100K 208
1623838-2 4295X200K 208
1623838-3 4295X500K 208
1623838-4 4295X101K 208
1623838-5 4295X201K 208
1623838-6 4295X501K 208
1623838-7 4295X102K 208
1623838-8 4295X202K 208
1623838-9 4295X502K 208
1623839-1 4295L100K 208
1623839-2 4295L200K 208
1623839-3 4295L500K 208
1623839-4 4295L101K 208
1623839-5 4295L201K 208
1623839-6 4295L501K 208
1623839-7 4295L102K 208
1623839-8 4295L202K 208
1623839-9 4295L502K 208
1623840-1 4295X/H100K 208
1623840-2 4295X/H200K 208
1623840-3 4295X/H500K 208
1623840-4 4295X/H101K 208
1623840-5 4295X/H201K 208
1623840-6 4295X/H501K 208
1623840-7 4295X/H102K 208
1623840-8 4295X/H202K 208
1623840-9 4295X/H502K 208
1623841-2 4295MF102 208
1623841-3 4295MF103 208
1623841-4 4295MF104 208
1623841-5 4295MF201 208
1623841-6 4295MF502 208
1623841-7 4295MF105 208
1623841-8 4295MF203 208
1623841-9 4295MF501 208
1623843-1 4295XF103 208
1623843-2 4295XF104 208
1623843-3 4295XF201 208
1623843-4 4295XF501 208
1623848-1 4290P101K 214
1623848-2 4290P201K 214
1623848-3 4290P501K 214
1623848-4 4290P102K 214
1623848-5 4290P202K 214
1623848-6 4290P502K 214
1623848-7 4290P103K 214
1623848-8 4290P203K 214
1623848-9 4290P503K 214
1623849-1 4290W100K 214
1623849-2 4290W200K 214
1623849-3 4290W500K 214
1623849-4 4290W101K 214
1623849-5 4290W201K 214
1623849-6 4290W501K 214
1623849-7 4290W102K 214
1623849-8 4290W202K 214
1623849-9 4290W502K 214
1623850-1 4290X100K 214
1623850-2 4290X200K 214
1623850-3 4290X500K 214
1623850-4 4290X101K 214
1623850-5 4290X201K 214
1623850-6 4290X501K 214
1623850-7 4290X102K 214
1623850-8 4290X202K 214
1623850-9 4290X502K 214
1623851-1 4290Y100K 214
1623851-2 4290Y200K 214
1623851-3 4290Y500K 214
1623851-4 4290Y101K 214
1623851-5 4290Y201K 214
1623851-6 4290Y501K 214
1623851-7 4290Y102K 214
1623851-8 4290Y202K 214
1623851-9 4290Y502K 214
1623853-1 4265H102M 199
1623853-2 4265P101M 199

1623853-3 4265P102M 199
1623853-4 4265P103M 199
1623853-5 4265P104M 199
1623853-6 4265P105M 199
1623853-7 4265P201M 199
1623853-8 4265P202M 199
1623853-9 4265P203M 199
1623854-1 4265X101M 199
1623854-2 4265X102M 199
1623854-3 4265X103M 199
1623854-4 4265X104M 199
1623854-5 4265X202M 199
1623854-6 4265X203M 199
1623854-7 4265X204M 199
1623854-8 4265X500M 199
1623854-9 4265X501M 199
1623855-1 409HA101M 206
1623855-2 409HA102M 206
1623855-4 409HA103M 206
1623855-5 409HA104M 206
1623855-6 409HA105M 206
1623855-7 409HA201M 206
1623855-8 409HA202M 206
1623855-9 409HA203M 206
1623856-1 409HR101M 206
1623856-2 409HR104M 206
1623856-3 409HR202M 206
1623856-4 409HR203M 206
1623856-5 409HR503M 206
1623857-1 409HS102M 206
1623857-2 409HS103M 206
1623857-3 409HS104M 206
1623857-4 409HS105M 206
1623857-5 409HS201M 206
1623857-6 409HS202M 206
1623857-7 409HS203M 206
1623857-8 409HS501M 206
1623857-9 409HS502M 206
1623858-1 409VA101M 206
1623858-2 409VA102M 206
1623858-3 409VA103M 206
1623858-4 409VA104M 206
1623858-5 409VA105M 206
1623858-6 409VA201M 206
1623858-7 409VA202M 206
1623858-8 409VA203M 206
1623858-9 409VA474M 206
1623860-1 409VS102M 206
1623860-2 409VS103M 206
1623860-3 409VS104M 206
1623860-4 409VS105M 206
1623860-5 409VS201M 206
1623860-6 409VS202M 206
1623860-7 409VS203M 206
1623860-8 409VS501M 206
1623860-9 409VS502M 206
1623861-1 409VT101M 206
1623861-2 409VT103M 206
1623861-3 409VT104M 206
1623861-4 409VT201M 206
1623861-5 409VT203M 206
1623861-6 409VT503M 206
1623861-7 409VX501M 206
1623862-1 4270W200K 212
1623862-2 4270W101K 212
1623862-3 4270W201K 212
1623862-4 4270W501K 212
1623862-5 4270W102K 212
1623862-6 4270W202K 212
1623862-7 4270W502K 212
1623862-8 4270W103K 212
1623862-9 4270W203K 212
1623863-1 4270X201K 212
1623863-2 4270X501K 212
1623863-3 4270X102K 212
1623863-4 4270X202K 212
1623863-5 4270X502K 212
1623863-6 4270X103K 212
1623863-7 4270X203K 212
1623863-8 4270X503K 212
1623863-9 4270X104K 212
1623864-1 4270P101K 212
1623864-2 4270P102K 212
1623864-3 4270P202K 212
1623864-4 4270P502K 212
1623864-5 4270P103K 212
1623864-6 4270P203K 212
1623864-7 4270P503K 212
1623864-8 4270P105K 212
1623866-1 433PW100K 215
1623866-2 433PW200K 215
1623866-3 433PW500K 215
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1623866-4 433PW101K 215
1623866-5 433PW201K 215
1623866-6 433PW501K 215
1623866-7 433PW102K 215
1623866-8 433PW202K 215
1623866-9 433PW502K 215
1623891-1 CT6H102N 192
1623891-2 CT6H104N 192
1623891-3 CT6V103N 192
1623891-4 CT6V104N 192
1623891-5 CT6V203N 192
1623891-6 CT6V501N 192
1623891-7 CT6V502N 192
1623891-8 CT6H105N 192
1623891-9 CT6H103N 192
1623893-1 416MA101P 194
1623893-2 416MA102P 194
1623893-3 416MA103P 194
1623893-5 416MA104P 194
1623893-6 416MA105P 194
1623893-7 416MA201P 194
1623893-8 416MA202P 194
1623893-9 416MA203P 194
1623894-1 416PA101M 194
1623894-2 416PA102M 194
1623894-4 416PA103M 194
1623894-5 416PA104M 194
1623894-6 416PA105M 194
1623894-7 416PA201M 194
1623894-8 416PA202M 194
1623894-9 416PA203M 194
1623895-1 416XA101P 194
1623895-2 416XA102P 194
1623895-3 416XA103P 194
1623895-4 416XA104P 194
1623895-5 416XA201P 194
1623895-6 416XA202P 194
1623895-7 416XA501P 194
1623895-8 416XA502P 194
1623895-9 416XA503P 194
1623896-1 416XX105P 194
1623898-1 446MTA202N 196
1623898-2 446MTA501N 196
1623898-3 446MTA502N 196
1623898-4 446MTA503N 196
1623900-1 4275P102K 200
1623900-2 4275P103K 200
1623900-3 4275P104K 200
1623900-4 4275P502K 200
1623900-5 4275P101K 200
1623900-6 4275P105K 200
1623900-7 4275P201K 200
1623900-8 4275P202K 200
1623900-9 4275P203K 200
1623901-1 4275U103K 200
1623902-1 4275X101K 200
1623902-2 4275X102K 200
1623902-3 4275X103K 200
1623902-4 4275X104K 200
1623902-5 4275X105K 200
1623902-6 4275X201K 200
1623902-7 4275X204K 200
1623902-8 4275X501K 200
1623902-9 4275X502K 200
1623905-1 3315X100M 184
1623905-2 3315X101M 184
1623905-3 3315X102M 184
1623905-4 3315X103M 184
1623905-5 3315X104M 184
1623905-6 3315X105M 184
1623905-7 3315X201M 184
1623905-8 3315X202M 184
1623905-9 3315X203M 184
1623906-1 3316X105M 184
1623906-2 3316X500M 184
1623907-1 3317X201M 184
1623907-2 3317X503M 184
1623909-1 3204X102P 181
1623909-2 3204X103P 181
1623909-3 3204X104P 181
1623909-4 3204X105P 181
1623909-5 3204X201P 181
1623909-6 3204X202P 181
1623909-7 3204X203P 181
1623909-8 3204X204P 181
1623911-1 3270P102K 188
1623911-2 3270P103K 188
1623911-3 3270P105K 188
1623911-4 3270P203K 188
1623911-5 3270P204K 188
1623911-6 3270P501K 188
1623911-7 3270P504K 188

1623911-8 3270P202K 188
1623911-9 3270P100K 188
1623912-1 3270W100K 188
1623912-2 3270W101K 188
1623912-3 3270W102K 188
1623912-4 3270W103K 188
1623912-5 3270W201K 188
1623912-6 3270W202K 188
1623912-7 3270W501K 188
1623912-8 3270W503K 188
1623912-9 3270W504K 188
1623913-1 3150W101P 177
1623913-2 3150W102P 177
1623913-3 3150W103P 177
1623913-4 3150W104P 177
1623913-5 3150W201P 177
1623913-6 3150W202P 177
1623913-7 3150W203P 177
1623913-8 3150W204P 177
1623913-9 3150W501P 177
1623914-2 3155W502P 177
1623915-1 3155X103P 177
1623915-2 3155X204P 177
1623915-3 3155X503P 177
1623916-1 3203X101P 180
1623916-2 3203X102P 180
1623916-3 3203X103P 180
1623916-4 3203X104P 180
1623916-5 3203X105P 180
1623916-6 3203X202P 180
1623916-7 3203X203P 180
1623916-8 3203X204P 180
1623916-9 3203X501P 180
1623917-1 3103X102N 179
1623917-2 3103X103N 179
1623917-3 3103X104N 179
1623917-4 3103X105N 179
1623917-5 3103X202N 179
1623917-6 3103X203N 179
1623917-7 3103X204N 179
1623917-8 3103X502N 179
1623917-9 3103X503N 179
1623918-1 3165W101P 178
1623918-2 3165W102P 178
1623918-3 3165W103P 178
1623918-4 3165W104P 178
1623918-5 3165W105P 178
1623918-6 3165W201P 178
1623918-7 3165W202P 178
1623918-8 3165W203P 178
1623918-9 3165W204P 178
1623919-1 3135X101P 175
1623919-2 3135X102P 175
1623919-3 3135X103P 175
1623919-4 3135X104P 175
1623919-5 3135X105P 175
1623919-6 3135X202P 175
1623919-7 3135X203P 175
1623919-8 3135X204P 175
1623919-9 3135X501P 175
1623920-1 3142W101P 176
1623920-2 3142W102P 176
1623920-3 3142W103P 176
1623920-5 3142W104P 176
1623920-6 3142W105P 176
1623920-7 3142W201P 176
1623920-8 3142W202P 176
1623920-9 3142W203P 176
1623921-1 3121X102P 172
1623921-2 3121X103P 172
1623921-3 3121X104P 172
1623921-4 3121X105P 172
1623921-5 3121X501P 172
1623921-6 3121X504P 172
1623921-7 3121X502P 172
1623922-1 3130W102P 173
1623922-2 3130W103P 173
1623922-3 3130W104P 173
1623922-4 3130W201P 173
1623922-5 3130W202P 173
1623922-6 3130W203P 173
1623922-7 3130W204P 173
1623922-8 3130W501P 173
1623922-9 3130W502P 173
1623923-1 3240P103K 186
1623923-2 3240P203K 186
1623923-3 3240P501K 186
1623923-4 3240P502K 186
1623923-5 3240P202K 186
1623923-6 3240P100K 186
1623923-7 3240P101K 186
1623923-8 3240P102K 186

1623923-9 3240P104K 186
1623924-1 3240W101K 186
1623924-2 3240W102K 186
1623924-3 3240W103K 186
1623924-4 3240W104K 186
1623924-5 3240W105K 186
1623924-6 3240W201K 186
1623924-7 3240W202K 186
1623924-8 3240W203K 186
1623924-9 3240W204K 186
1623925-1 CFR100J100K 140
1623925-2 CFR100J100R 140
1623925-3 CFR100J10K 140
1623925-4 CFR100J10R 140
1623925-5 CFR100J120R 140
1623925-6 CFR100J12K 140
1623925-7 CFR100J150K 140
1623925-8 CFR100J150R 140
1623925-9 CFR100J15K 140
1623927-1 CFR16J100K 140
1623927-2 CFR16J100R 140
1623927-4 CFR16J10K 140
1623927-6 CFR16J10R 140
1623927-7 CFR16J120K 140
1623927-8 CFR16J120R 140
1623927-9 CFR16J12K 140
1623928-1 CFR16J300R 140
1623928-2 CFR16J30K 140
1623928-3 CFR16J330K 140
1623928-4 CFR16J330R 140
1623928-6 CFR16J33K 140
1623928-8 CFR16J33R 140
1623929-1 CFR200J100K 140
1623929-2 CFR200J100R 140
1623929-3 CFR200J10K 140
1623929-4 CFR200J10R 140
1623929-5 CFR200J120K 140
1623929-6 CFR200J120R 140
1623929-7 CFR200J150K 140
1623929-8 CFR200J150R 140
1623930-1 CFR25J100K 140
1623930-2 CFR25J100R 140
1623930-3 CFR25J10K 140
1623930-4 CFR25J10M 140
1623930-5 CFR25J10R 140
1623930-6 CFR25J110K 140
1623930-7 CFR25J110R 140
1623930-8 CFR25J11R 140
1623930-9 CFR25J120K 140
1623931-1 CFR25J300K 140
1623931-2 CFR25J300R 140
1623931-3 CFR25J30K 140
1623931-4 CFR25J30R 140
1623931-5 CFR25J330K 140
1623931-7 CFR25J330R 140
1623931-8 CFR25J33K 140
1623931-9 CFR25J33R 140
1623932-5 CFR50J100K 140
1623932-6 CFR50J100R 140
1623932-7 CFR50J100R/S 140
1623932-8 CFR50J10K 140
1623932-9 CFR50J10K/S 140
1623933-1 CFR50J300R 140
1623933-2 CFR50J30K 140
1623933-3 CFR50J330K 140
1623933-4 CFR50J330R 140
1623933-5 CFR50J33K 140
1623933-7 CFR50J33R 140
1623933-8 CFR50J360R 140
1623933-9 CFR50J36K 140
1623934-1 ZR0207 148
1623934-2 ZR0207/RL 148
1624122-1 MRS10KB 16
1624122-2 MRS1K0B 16
1624122-3 MRS7K5B 16
1624122-4 MRS100RB 16
1624122-5 MRS22KB 16
1624122-6 MRS2K2B 16
1624122-7 MRS4K7B 16
1624122-8 MRS100RF 16
1624122-9 MRS3K3F 16
1624127-1 23ESA222MMF50N 234
1624128-1 23ESA222MWA50N 234
1624129-1 23ESA223MLA50N 234
1624130-1 23ESA223MMF50N 234
1624130-3 23ESA223MMF17N 234
1624131-1 23ESA223MTC22N 234
1624132-1 23ESA223MWA50N 234
1624133-1 23ESA224MLA50N 234
1624134-1 23ESA224MMF50N 234
1624135-1 23ESA224MWA50N 234
1624136-1 23ESA471MMH65N 234

1624137-1 23ESA471MWA50N 234
1624138-1 23ESA472MLA50N 234
1624139-1 23ESA472MMF50N 234
1624140-1 23ESA472MMH65N 234
1624141-1 23ESA472MWA22N 234
1624142-1 23ESA472MWA50N 234
1624143-1 23ESA473MLA50N 234
1624144-1 23ESA473MMF50N 234
1624145-1 23ESA473MWA50N 234
1624146-1 23ESA474MMF50N 234
1624147-1 23ESA474MMH65N 234
1624148-1 23ESA474MWA50N 234
1624148-5 23ESA474MLA50N 234
1624149-1 23ESB102MMF50N 234
1624149-3 23ESB102MLA50N 234
1624150-1 23ESB103MLA50N 234
1624150-2 23ESB104MLA50N 234
1624151-1 23ESB103MMF50N 234
1624152-1 23ESB103MWA50N 234
1624153-1 23ESB104MMF50N 234
1624154-1 23ESB105MMF50N 234
1624155-1 23ESB105MWA50N 234
1624156-1 23ESB223MMF50N 234
1624156-3 23ESB222MMF50N 234
1624156-5 23ESB223MLA50N 234
1624157-1 23ESB224MMF50N 234
1624158-1 23ESB472MMF50N 234
1624158-5 23ESB473MMF50A 234
1624159-1 23ESB472MWA50N 234
1624160-1 23ESB473MLA17N 234
1624160-2 23ESB473MLA50N 234
1624161-1 23ESB473MMF50N 234
1624162-1 23ESB473MWA50N 234
1624163-1 23ESB474MMF50N 234
1624164-1 23ESB474MWA50N 234
1624167-1 23PSA103MWA50N 234
1624168-1 23PSA104MWA50N 234
1624169-1 23PSA222MWA22N 234
1624170-1 23PSA222MWA50N 234
1624171-1 23PSA471MWA50N 234
1624172-1 23PSA472MWA50N 234
1624173-1 23PSA474MWA50N 234
1624175-1 26SSA104MLA16N 234
1624176-1 27ESA103MMF50N 234
1624177-1 27ESA104MMF50N 234
1624178-1 27ESA472MMF50N 234
1624179-1 27ESA473MMF50N 234
1624182-1 27ESB103MMF50N 234
1624183-1 27ESB104MMF50N 234
1624184-1 27ESB472MMF50N 234
1624185-1 27ESB473MMF50N 234
1624187-1 27PSA473MLA43N 234
1624188-1 28SSA103MMF20N 234
1624188-2 28SSA103MRJ29N 234
1624188-3 28SSA471MKJ27N 234
1624188-7 28SSA473MUA35N 234
1624188-8 28SSA473MLA32N 234
1624188-9 28SSA473MUA22N 234
1624190-1 36SSB103MPE22N 230
1624190-2 36SSB473MPE22N 230
1624191-2 51471A 226
1624191-3 51102A 226
1624191-4 51472A 226
1624191-5 51103A 226
1624191-6 51223A 226
1624191-7 51473A 226
1624191-8 51104A 226
1624191-9 51224A 226
1624192-2 53103ALP 226
1624192-3 53103BLP 226
1624192-4 53471A 226
1624192-5 53102A 226
1624192-6 53472A 226
1624192-7 53103A 226
1624192-8 53223A 226
1624192-9 53473A 226
1624197-1 17PCSA103MC19P 222
1624197-2 17PCSA104MA35 222
1624197-3 17PCSA104MC19P 222
1624197-4 17PCSA224MC19P 222
1624197-5 17PCSA474MC19P 222
1624199-1 17PESA103KF19A 222
1624199-2 17PESA104MC19N 222
1624199-3 17PESA104MC20N 222
1624199-4 17PESA472MA16D 222
1624199-5 17PESA472MC22N 222
1624199-6 17PESA472MF22N 222
1624199-8 17PCSA472MF24B 222
1624199-9 17PESA474MC19N 222
1624200-1 RW3100KB 240
1624200-2 RW3101KB 240
1624200-3 RW3102KB 240
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1624200-4 RW3203KB 240
1624200-5 RW3502KB 240
1624200-6 RW3501KB 240
1624200-7 RW1502JA 240
1624200-8 RW3202JA 240
1624200-9 RW1101KC 240
1624201-1 23ESA102MMF50A 234
1624202-1 23ESA103MMF50A 234
1624203-1 23ESA104MMF50A 234
1624204-1 23ESA105MMF50A 234
1624205-1 23ESA222KRH18C 234
1624206-1 23ESA222MMF50A 234
1624207-1 23ESA223MMF50A 234
1624208-1 23ESA224MMF50A 234
1624209-1 23ESA472MMF50A 234
1624209-3 23ESA472MMF20A 234
1624210-1 23ESA473MMF50A 234
1624210-2 23ESA473MMF20A 234
1624211-1 23ESA474MMF50A 234
1624213-1 23ESB103MMF50A 234
1624214-1 23ESB104MMF50A 234
1624215-1 23ESB105MMF50A 234
1624216-1 23ESB472MMF50A 234
1624216-3 23ESB472MLA50N 234
1624219-1 26XSA102KUH14B 234
1624221-1 31ESA105MUA20C 230
1624222-1 31PSA104MPE25N 230
1624227-3 54102A630PL 226
1624227-4 54222A630PL 226
1624227-5 54472A630PL 226
1624227-6 54103A630PL 226
1624227-7 54223A630PL 226
1624227-8 54473A630PL 226
1624227-9 54104A630PL 226
1624228-1 55103B630PL 226
1624229-3 56102A420PL 226
1624229-4 5610A2630PL 226
1624229-5 56472A630PL 226
1624229-6 56103A630PL 226
1624229-7 56223A630PL 226
1624229-8 56473A630PL 226
1624229-9 56104A630PL 226
1624230-3 61473C420PL 226
1624230-4 61103A420PL 226
1624234-1 ES2W100RJ 147
1624234-2 ES2W20RJ 147
1624234-3 ES2W33RJ 147
1624234-4 ES2W56RJ 147
1624235-1 ES3W100RJ 147
1624235-3 ES3W10RJ 147
1624235-4 ES3W150RJ 147
1624235-5 ES3W1R0J 147
1624235-6 ES3W220RJ 147
1624235-7 ES3W22RJ 147
1624235-8 ES3W270RJ 147
1624235-9 ES3W2R2J 147
1624236-1 ES5W1R0J 147
1624236-2 ES5W47RJ 147
1624236-3 ES5W75RJ 147
1624236-4 ES5W150RJ 147
1624237-1 KC1/2A10RJT 22
1624237-2 KC1/2R10FB 22
1624238-1 KC1BR18FB 22
1624239-1 KC2C10KJ 22
1624239-2 KC2C11RF 22
1624239-3 KC2C1R0FC 22
1624239-4 KC2C2K05J 22
1624239-5 KC2C2R05FC 22
1624239-6 KC2C30R1F 22
1624239-7 KC2CR10J 22
1624240-1 KC5R47EA 22
1624241-1 KNC2AR20F 22
1624242-1 KNP2AR01F 42
1624242-2 KNP2AR025E 42
1624242-3 KNP2AR05E 42
1624242-4 KNP2AR10E 42
1624242-5 KNP47R10F 42
1624242-6 KNP5AR05G 42
1624242-7 KNP5AR10G 42
1624242-8 KNP2AR03F 42
1624244-1 RSS1180RJTB 146
1624244-2 RSS15K1GTB 146
1624244-3 RSS1W56RJTB 146
1624245-3 RSS28K2JTB 146
1624245-4 RSS2W100KJTB 146
1624245-5 RSS2W100RJTB 146
1624245-6 RSS2W10KJTB 146
1624245-7 RSS2W10RJTB 146
1624245-8 RSS2W150RJTB 146
1624245-9 RSS2W15KJTB 146
1624246-1 RSS3100RJTB 146
1624246-2 RSS310KJTB 146

1624246-3 RSS310RJTB 146
1624246-4 RSS3120RJTB 146
1624246-5 RSS312KJTB 146
1624246-6 RSS312RJTB 146
1624246-7 RSS3150RJTB 146
1624246-8 RSS315KJTB 146
1624246-9 RSS315RJTB 146
1624247-2 RSS551KJTB 146
1624247-4 RSS562KJR 146
1624247-5 RSS591KJTB 146
1624247-6 RSS520KJTB 146
1624247-7 RSS556RJTB 146
1624247-8 RSS5100KJTB 146
1624247-9 RSS547KJTB 146
1624251-1 SL1R015JT 30
1624252-1 SL1R018GT 30
1624253-1 SL1R01J 30
1624253-2 SL1R01JT 30
1624254-1 SL1R022F 30
1624254-2 SL1R022FT 30
1624254-3 SL1R022JT 30
1624255-1 SL1R02F 30
1624255-2 SL1R02JT 30
1624255-3 SL1R02FT 30
1624256-1 SL1R033JT 30
1624256-2 SL1R03FT 30
1624257-1 SL1R047JT 30
1624258-1 SL1R051JT 30
1624259-1 SL1R056FT 30
1624260-1 SL1R05JT 30
1624261-1 SL1R062ET 30
1624262-1 SL1R068J 30
1624262-2 SL1R068JT 30
1624263-1 SL1R075ET 30
1624264-1 SL1R07JT 30
1624264-2 SL1R07F 30
1624264-3 SL1R09F 30
1624265-1 SL1R10J 30
1624265-2 SL1R10JT 30
1624266-1 SL2R005JT 30
1624267-1 SL2R022FT 30
1624268-1 SL2R03JT 30
1624269-1 SL3R01J 30
1624270-1 SL3R075F 30
1624271-1 SP1/2R075FT 48
1624271-2 SP1/2100RJT 48
1624271-3 SP1/2R10FT 48
1624271-4 SP1/210RFT 48
1624271-5 SP1/2R59FT 48
1624272-1 SP1/2R68JT 48
1624273-1 SP110RET 48
1624273-2 SP110RF 48
1624273-3 SP110RJ 48
1624273-4 SP110RJT 48
1624273-5 SP1100RJT 48
1624273-6 SP110RFT 48
1624274-1 SP1120RJT 48
1624274-2 SP1120RFT 48
1624275-1 SP1130RJT 48
1624276-1 SP1150RFT 48
1624276-2 SP1150RJ 48
1624276-3 SP1150RJT 48
1624277-1 SP11K5FT 48
1624277-2 SP11K5JT 48
1624278-1 SP11R0J 48
1624278-2 SP11R0JT 48
1624279-1 SP11R2F 48
1624280-1 SP11R5J 48
1624280-2 SP11R5JT 48
1624281-1 SP1220RJT 48
1624282-1 SP1237RFT 48
1624282-2 SP12K21B 48
1624283-1 SP12R0J 48
1624284-1 SP147R5J 48
1624284-2 SP1475RB 48
1624285-1 SP147RJT 48
1624285-2 SP149R9FT 48
1624286-1 SP14R02F 48
1624287-1 SP163R4E 48
1624288-1 SP182RJT 48
1624289-1 SP195R3JT 48
1624290-1 SP1R10FT 48
1624290-2 SP1R10J 48
1624290-3 SP1R10JT 48
1624291-1 SP1R12J 48
1624291-2 SP1R12JT 48
1624291-3 SP1R15F 48
1624292-1 SP1R20J 48
1624292-2 SP1R20JT 48
1624293-1 SP1R47FT 48
1624293-2 SP1R47J 48
1624294-1 SP1R50J 48

1624295-1 SP1R68F 48
1624295-2 SP1R68J 48
1624296-1 SP1R75F 48
1624297-1 SP210RFT 48
1624298-1 SP213R3F 48
1624298-2 SP213R3FT 48
1624299-1 SP218RJT 48
1624300-1 SP21R0FT 48
1624301-1 SP2200RJT 48
1624301-2 SP2220RJ 48
1624301-3 SP2220RJT 48
1624301-9 SP2249RF 48
1624302-1 SP22R2FT 48
1624302-2 SP22R2JT 48
1624303-1 SP233RJT 48
1624304-1 SP23K16F 48
1624304-2 SP23K16FT 48
1624305-1 SP247RFT 48
1624306-1 SP24K7FT 48
1624307-1 SP25K6FT 48
1624308-1 SP25R1JT 48
1624309-1 SP268RFT 48
1624310-1 SP2910RJT 48
1624311-1 SP2R10J 48
1624311-2 SP2R10JT 48
1624312-1 SP2R22JT 48
1624313-1 SP2R33JT 48
1624314-1 SP2R59FT 48
1624315-1 SP310RJT 48
1624316-1 SP31R0J 48
1624316-2 SP31R0JT 48
1624316-3 SP31R2FT 48
1624317-1 SP3220RJ 48
1624318-1 SP3240RJ 48
1624318-5 SP324RJ 48
1624319-1 SP343RF 48
1624320-1 SP347RJ 48
1624322-1 UPW25B100KV 23
1624322-2 UPW25B100RV 23
1624322-3 UPW25B10KV 23
1624322-4 UPW25B10RV 23
1624322-5 UPW25B1K0V 23
1624322-6 UPW25B250RV 23
1624322-7 UPW25B50RV 23
1624322-8 UPW25B5K0V 23
1624323-1 UPW50B100KV 23
1624323-2 UPW50B100RV 23
1624323-3 UPW50B10KV 23
1624323-4 UPW50B10RV 23
1624323-5 UPW50B120RV 23
1624323-6 UPW50B1K0V 23
1624323-7 UPW50B200RV 23
1624323-8 UPW50B20KV 23
1624323-9 UPW50B20RV 23
1624328-1 81582A103J375J 156
1624328-2 81582A400J280J 156
1624328-3 81582A501J325J 156
1624328-4 81582B103J375J 156
1624328-5 81582A151J280J 156
1624328-6 81582A600J280E 156
1624328-7 81582A502J355J 156
1624329-1 LT300014T2610KJ 161
1624329-2 LT300014T261K0J 161
1624329-3 LT300014T26270RJ 161
1624329-4 LT300016T261K0J 161
1624329-5 LT300016T26470RJ 161
1624329-6 LT300016T265K1J 161
1624329-7 LT300016T26330RJ 161
1624331-1 LT731K0JTG 160
1624332-1 LT731K5JTE 160
1624332-2 LT731K5JTG 160
1624333-1 LT732K0JTG 160
1624334-1 LT7330001K0JTG 160
1624335-1 LT7330001K5JTG 160
1624336-1 LT7330002K0JTG 160
1624337-1 LT7330003K0JTG 160
1624338-1 LT733K0JTE 160
1624338-2 LT733K0JTG 160
1624339-1 LT73510RJTE 160
1624340-1 LT73680RJTE 160
1624340-2 LT73680RJTG 160
1624341-1 LT73820RJTE 160
1624343-1 NTC0603J150K 158
1624343-2 NTC0603J33K 158
1624344-2 NTC0805J100K 158
1624345-1 NTC0805J10K 158
1624346-2 NTC0805J150K 158
1624347-1 NTC0805J150R 158
1624348-2 NTC0805J15K 158
1624349-1 NTC0805J1K0 158
1624350-2 NTC0805J1K5 158
1624351-1 NTC0805J20K 158

1624352-1 NTC0805J220R 158
1624353-2 NTC0805J22K 158
1624354-2 NTC0805J2K0 158
1624355-2 NTC0805J2K2 158
1624356-2 NTC0805J2K5 158
1624357-2 NTC0805J30K 158
1624358-2 NTC0805J330R 158
1624359-2 NTC0805J33K 158
1624360-2 NTC0805J3K0 158
1624361-2 NTC0805J3K3 158
1624362-1 NTC0805J470R 158
1624364-2 NTC0805J4K7 158
1624365-1 NTC0805J5K0 158
1624366-2 NTC0805J680R 158
1624367-2 NTC0805J68K 158
1624368-2 NTC0805J6K8 158
1624429-2 LR1F301K 136
1625807-1 BFA105R6 250
1625807-2 BFA1560R 250
1625807-3 BFA2120R 250
1625807-4 BFA433R 250
1625807-5 BFA522R 250
1625807-6 BFA519R 250
1625808-1 HMA3R015F 38
1625809-1 HPA10R01J 39
1625810-1 HPR55RLR01J 41
1625811-1 HPR5R015J 41
1625811-2 HPR5R01J 41
1625811-3 HPR5R022J 41
1625811-4 HPR5R033J 41
1625811-5 HPR5R047J 41
1625811-6 HPR5R051J 41
1625811-7 HPR5R068J 41
1625811-8 HPR5R10J 41
1625811-9 HPR5RSR47J 41
1625816-2 KL4AR015FTN 28
1625819-1 KL4AR022FTN 28
1625820-1 KL4AR02FTN 28
1625822-1 KL4AR047FTN 28
1625823-2 KL4AR0499FTN 28
1625826-7 TL2BR051FTE 26
1625827-2 TL3AR006FTDG 26
1625827-7 TL3AR025FTDG 26
1625829-1 HL3AGR018FTDF 27
1625829-2 HL3AGR01FTDF 27
1625829-3 HL3AGR022FTDF 27
1625829-4 HL3AGR027FTDF 27
1625829-5 HL3AGR039FTDF 27
1625829-6 HL3AHR005FTDF 27
1625829-7 HL3AHR051FTDF 27
1625846-1 CT26-6A 244
1625846-2 CT27-1/4 244
1625846-3 CT46-6A 244
1625846-4 CT50-6AH 244
1625846-5 CT56-1/4 244
1625846-6 CT57-6A 244
1625848-5 HDP-07-SC2 162
1625848-6 HDP-07-SC1 162
1625850-3 CS9ASS20A103N 220
1625854-1 RCS-0C 168
1625854-2 RCT-0C 168
1625854-3 RCU-0C 168
1625855-1 RH73G1J1M0FTN 133
1625855-2 RH73H1J100MJTN 133
1625856-1 RH73H2A100MJTN 133
1625856-2 RH73H2A100MKTN 133
1625856-3 RH73H2A15MKTN 133
1625856-4 RH73H2A20MKTN 133
1625856-5 RH73H2A30MKTN 133
1625856-6 RH73H2A40MKTN 133
1625856-7 RH73H2A50MJTE 133
1625856-8 RH73H2A50MKTN 133
1625856-9 RH73H2A50MMTN 133
1625857-1 RH73H2B100MJ 133
1625857-2 RH73H2B100MKTN 133
1625857-3 RH73H2B15MMTN 133
1625858-1 RH73U1J33MJTN 133
1625858-2 RH73U1G0KTN 133
1625859-1 RH73U2A100MKTN 133
1625859-2 RH73U2A100MMTN 133
1625859-3 RH73U2A500MMTN 133
1625859-4 RH73U2A20MMTG 133
1625859-5 RH73U2A500MKTN 133
1625859-6 RH73U2A20MGTN 133
1625860-1 RH73U2B200MKTN 133
1625860-2 RH73U2B220MKTN 133
1625860-3 RH73U2B390MKTN 133
1625860-4 RH73U2B1G0JTN 133
1625861-1 RH73W2A15MMTN 133
1625861-2 RH73W2A1G0JTN 133
1625861-3 RH73W2A1GNTN 133
1625861-4 RH73W2A500MKTN 133
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1625861-5 RH73W2A500MNTN 133
1625861-6 RH73W2A5GNTN 133
1625861-7 RH73W2A1G0KTN 133
1625861-8 RH73W2A1G0MTN 133
1625861-9 RH73W2A50MMTN 133
1625862-1 RH73X2A10GNTN 133
1625862-2 RH73X2A20GNTN 133
1625862-3 RH73X2A33GKTN 133
1625862-4 RH73X2A50GNTN 133
1625862-5 RH73X2B10GJTN 133
1625862-6 RH73X2B2G0KTN 133
1625862-7 RH73X2B5G0KTN 133
1625862-8 RH73X2B10GKTN 133
1625865-1 RP73D2A102KBTDF 8
1625866-2 RP73D2B510KDTD 8
1625867-1 RP73F1J100KBTDF 8
1625867-2 RP73F1J10KBTDF 8
1625867-3 RP73F1J15KBTDF 8
1625867-4 RP73F1J205RBTDF 8
1625867-5 RP73F1J2K21BTDF 8
1625867-6 RP73F1J4K42BTDF 8
1625867-7 RP73F1J51K1BTDF 8
1625867-8 RP73F1J68K1BTDF 8
1625868-1 RP73F2A11KBTDF 8
1625868-2 RP73F2A13KBTDF 8
1625868-3 RP73F2A1K21BTDF 8
1625868-4 RP73F2A1K62BTDF 8
1625868-5 RP73F2A1M0BTDF 8
1625868-6 RP73F2A200RBTDF 8
1625868-7 RP73F2A215KBTDF 8
1625868-8 RP73F2A24K3BTDF 8
1625868-9 RP73F2A2K21BTDF 8
1625869-1 RP73F2B120KFTD 8
1625869-2 RP73F2B2K4FTD 8
1625869-3 RP73F2B43KFTD 8
1625869-4 RP73F2B43RFTD 8
1625869-5 RP73F2B510KBTDF 8
1625869-6 RP73F2B5M0FTD 8
1625870-1 RP73G1J100KFTD 8
1625870-2 RP73G1J10KBTDF 8
1625870-3 RP73G1J10KFTD 8
1625870-4 RP73G1J110KFTD 8
1625870-5 RP73G1J18KFTD 8
1625870-6 RP73G1J1K21FTD 8
1625870-7 RP73G1J1K5FTD 8
1625870-8 RP73G1J221KFTD 8
1625870-9 RP73G1J22K1FTD 8
1625871-1 RP73G2A102KBTDF 8
1625871-2 RP73G2A16K2DTD 8
1625871-3 RP73G2A182KFTD 8
1625871-4 RP73G2A1M0FTD 8
1625871-5 RP73G2A2K74FTD 8
1625871-6 RP73G2A3K92DTD 8
1625871-7 RP73G2A4K64DTD 8
1625871-8 RP73G2A500KFTD 8
1625871-9 RP73G2A6K81DTD 8
1625872-1 RP73G2B1M4FTD 8
1625872-2 RP73G2B825KBTDF 8
1625875-1 CBT25K100R 149
1625875-2 CBT25K10R 149
1625876-1 CBT50J1M8 149
1625876-2 CBT50J22R 149
1625876-3 CBT50J3K3 149
1625876-4 CBT50J3R3 149
1625876-5 CBT50J47R 149
1625876-6 CBT50K100K 149
1625876-7 CBT50K100R 149
1625876-8 CBT50K10K 149
1625876-9 CBT50K10R 149
1625878-1 FRN25J100R 124
1625878-2 FRN25J10R 124
1625878-3 FRN25J1K0 124
1625878-4 FRN25J1R0 124
1625878-5 FRN25J220R 124
1625878-7 FRN25J22R 124
1625878-8 FRN25J2R2 124
1625879-1 FRN50J100R/S 124
1625879-2 FRN50J10R/S 124
1625879-3 FRN50J1K0/S 124
1625879-4 FRN50J1R0/S 124
1625879-5 FRN50J220R/S 124
1625879-6 FRN50J22R/S 124
1625879-7 FRN50J27R/S 124
1625879-8 FRN50J2R2/S 124
1625879-9 FRN50J470R/S 124
1625882-1 ROX1J47R 144
1625883-2 ROX1SF4K7 144
1625885-1 ROX1SJR10 144
1625885-3 ROX1SJR15 144
1625885-6 ROX1SJR22 144
1625885-7 ROX1SJR33 144
1625885-8 ROX1SJR47 144

1625885-9 ROX1SJR68 144
1625886-1 ROX1SJ30K 144
1625886-2 ROX1SJ330K 144
1625886-4 ROX1SJ330R 144
1625886-5 ROX1SJ33K 144
1625886-6 ROX1SJ33R 144
1625886-8 ROX1SJ390K 144
1625886-9 ROX1SJ390R 144
1625888-1 ROX2J100R 144
1625888-2 ROX2J180R 144
1625890-2 ROX2SJ100K 144
1625890-4 ROX2SJ100R 144
1625890-5 ROX2SJ10K 144
1625890-6 ROX2SJ10R 144
1625890-7 ROX2SJ120K 144
1625890-8 ROX2SJ120R 144
1625890-9 ROX2SJ12K 144
1625892-1 ROX3SJR10 144
1625892-2 ROX3SJR22 144
1625892-4 ROX3SJR33 144
1625892-5 ROX3SJR47 144
1625892-6 ROX3SJR51 144
1625892-7 ROX3SJR68 144
1625892-8 ROX3SJ100K 144
1625892-9 ROX3SJ100R 144
1625893-1 ROX5SJ10R 144
1625894-1 RSSF3J10K 142
1625894-2 RSSF3J8K2 142
1625895-1 5904620081 226
1625895-2 5904620091 226
1625895-3 5904620101 226
1625895-4 5904620111 226
1625895-5 5904620121 226
1625903-1 RSSF5H15J1K0 142
1625930-1 MC1-500R-20%-1"-PL 239
1625930-2 MC1-470R-10%-1"-PL 239
1625930-3 MC1-1K-10%-1"-PL 239
1625930-4 MC1-500R-10%-16MM-SL 239
1625930-5 MC1-1K-10%-16MM-SL 239
1625930-6 MC1-220R-10%-25mm-PL 239
1625930-7 MC1-10K-10%-25MM-PL 239
1625930-8 MC1-4K7-10%-16MM-SL 239
1625930-9 MC1-47K-10%-20MM-PL 239
1625932-1 LC1-10K-20%-1 1/2"-SL 238
1625932-2 LC1-2K2-20%-1 1/2"-SL 238
1625932-3 LC1-47K-20%-1 1/2"-SL 238
1625932-4 LC1-1M-20%- 1 1/2"-SL 238
1625932-5 LC1-22K-20%-1 1/2"-SL 238
1625932-6 LC1-1K-20%-1 1/2"-SL 238
1625932-7 LC1-4K7-20%-1 1/2"-SL 238
1625932-8 LC1-10K-20%-22MM-SL 238
1625932-9 LC1-100K-20%-1 1/2"-SL 238
1625938-1 PC908-10K-20%-LIN 247
1625938-2 PC908-470R-20%-LIN 247
1625938-3 PC908-10K-20%-LOG 247
1625938-4 PC908-100K-20%-LOG 247
1625938-5 PC908-220R-20%-LIN 247
1625940-1 PC911-100K-20%-LIN 216
1625940-2 PC911-1K-20%-LIN 216
1625940-3 PC911-4K7-20%-LIN 216
1625940-4 PC911-10K-20%-LIN 216
1625940-5 PC911-470K-20%-LIN 216
1625940-6 PC911-1M-20%-LIN 216
1625940-7 PC911-22K-20%-LIN 216
1625940-8 PC911-100R-20%-LIN 216
1625945-1 HVR10B200KK 116
1625946-1 HVR10C25MK 116
1625947-1 HVR10D100MK 116
1625947-2 HVR10D10MK 116
1625947-3 HVR10D11MF 116
1625947-4 HVR10D16MF 116
1625947-5 HVR10D25MK 116
1625947-6 HVR10D27MF 116
1625947-7 HVR10D3M9F 116
1625947-8 HVR10D500KK 116
1625947-9 HVR10D6M2F 116
1625948-1 HVR20B1K0K 116
1625948-2 HVR20B33KK 116
1625948-3 HVR20B50KK 116
1625949-1 HVR20C11MF 116
1625949-2 HVR20C11MK 116
1625950-2 HVR20D1G0K 116
1625950-3 HVR20D1M0K 116
1625950-4 HVR20D470KJ 116
1625950-5 HVR20D50KK 116
1625950-6 HVR20D6M0K 116
1625950-7 HVR20D6M2K 116
1625950-8 HVR20D470KK 116
1625951-1 HVR30B10MF 116
1625951-2 HVR30B10MJ 116
1625951-3 HVR30B12MF 116
1625951-4 HVR30B1G0J 116

1625951-5 HVR30B1K0F 116
1625951-6 HVR30B1K0K 116
1625951-7 HVR30B20KF 116
1625951-8 HVR30B20KK 116
1625951-9 HVR30B20MK 116
1625952-1 HVR30C15MJ 116
1625952-2 HVR30C5M0K 116
1625952-3 HVR30C2M0K 116
1625952-4 HVR30C40MK 116
1625953-1 HVR30D100MK 116
1625953-2 HVR30D10MK 116
1625953-3 HVR30D150MK 116
1625953-4 HVR30D1M0K 116
1625953-5 HVR30D200MK 116
1625953-6 HVR30D25MJ 116
1625953-7 HVR30D25MK 116
1625953-8 HVR30D35MJ 116
1625953-9 HVR30D55MK 116
1625954-1 HVR30D25MJE 116
1625955-1 HVR50B50MK 116
1625955-2 HVR50B5M6K 116
1625955-3 HVR50B80MK 116
1625955-4 HVR50B100MK 116
1625955-5 HVR50B10MK 116
1625956-1 HVR50C10MK 116
1625956-2 HVR50C1M0K 116
1625956-3 HVR50C66MF 116
1625956-4 HVR50C66MJ 116
1625956-5 HVR50C6M0K 116
1625956-6 HVR50C80MF 116
1625957-1 HVR50D100KJ 116
1625957-2 HVR50D100KK 116
1625957-3 HVR50D10MK 116
1625957-4 HVR50D110MK 116
1625957-5 HVR50D150MF 116
1625957-6 HVR50D15MK 116
1625957-7 HVR50D1M0J 116
1625957-8 HVR50D1M0K 116
1625957-9 HVR50D20MK 116
1625958-1 HB1100KZAE 114
1625958-2 HB1100KFZRE 114
1625958-3 HB1100MFZAE 114
1625958-4 HB1100MFZRE 114
1625958-5 HB110KFZRE 114
1625958-6 HB110KJZAE 114
1625958-7 HB110MFZAE 114
1625958-8 HB110MFZRE 114
1625958-9 HB1125MFZRE 114
1625959-1 HB3100KFZRE 114
1625959-2 HB3100MFZAE 114
1625959-3 HB3100MFZRE 114
1625959-4 HB3100MGZAE 114
1625959-5 HB3100MJZAE 114
1625959-6 HB310MFZRE 114
1625959-7 HB31G0FZRE 114
1625959-8 HB31M0FCRE 114
1625959-9 HB31M0FZRE 114
1625960-1 HBA100MFZRE 114
1625960-2 HBA100MJZRE 114
1625960-3 HBA10MFZRE 114
1625960-4 HBA15MFZRE 114
1625960-6 HBA22MFZRE 114
1625960-7 HBA22MJZRE 114
1625960-8 HBA33MFZRE 114
1625960-9 HBA47MFZRE 114
1625963-1 HSA5100RJ 60
1625963-3 HSA510RJ 60
1625963-5 HSA5120RJ 60
1625963-8 HSA515RF 60
1625964-1 NHSA5R10F 60
1625964-2 NHSA5R20J 60
1625964-3 NHSA5100RF 60
1625964-4 NHSA5300RJ 60
1625966-1 HSA10100RE 60
1625966-2 HSA10100RJ 60
1625966-3 HSA1010KJ 60
1625966-4 HSA1010RJ 60
1625966-6 HSA10120RJ 60
1625966-8 HSA10150RJ 60
1625966-9 HSA1015KJ 60
1625967-1 NHSA1012RG 60
1625971-1 HSA25100RE 60
1625971-2 HSA25100RJ 60
1625971-3 HSA2510KJ 60
1625971-4 HSA2510RE 60
1625971-5 HSA2510RJ 60
1625971-7 HSA25120RJ 60
1625971-8 HSA2513R5F 60
1625971-9 HSA2515RJ 60
1625973-1 NHSA2510RK 60
1625973-2 NHSA251R5J 60
1625973-3 NHSA25330RJ 60

1625973-4 NHSA25R10J 60
1625973-5 NHSA25R33E 60
1625973-6 KHSA2510RJ 118
1625973-7 KHSA251K2J 118
1625973-8 KHSA2522RJ 118
1625973-9 KHSA25620RJ 118
1625984-1 HSA50100RJ 60
1625984-3 HSA5010KJ 60
1625984-4 HSA5010RF 60
1625984-5 HSA5010RJ 60
1625984-6 HSA50120RJ 60
1625984-7 HSA5012RJ 60
1625984-9 HSA50150RE 60
1625985-1 NHSA5010RF 60
1625985-2 NHSA5010RJ 60
1625985-3 NHSA50120RJ 60
1625985-4 NHSA50128RF 60
1625985-5 NHSA50158RF 60
1625985-6 NHSA50160RF 60
1625985-7 NHSA5016RF 60
1625985-8 NHSA50190RF 60
1625985-9 NHSA501K024F 60
1625986-1 KHSA5010RJ 118
1625986-2 KHSA501K1J 118
1625986-3 KHSA501K5J 118
1625986-4 KHSA501R5J 118
1625986-5 KHSA501R8J 118
1625986-6 KHSA502R2J 118
1625986-7 KHSA50390RJ 118
1625986-8 KHSA5062RJ 118
1625986-9 KHSA5033KJ 118
1625995-1 HSC752K2J 60
1625995-2 HSC7547RJ 60
1625995-3 HSC755R0J 60
1625995-4 HSC757R1F 60
1625995-5 HSC75R68J 60
1625995-6 HSC751K2J 60
1625995-7 HSC754K7J 60
1625995-8 HSC75220RJ 60
1625995-9 HSC75150RJ 60
1625999-1 HSC100100RJ 60
1625999-2 HSC10010KJ 60
1625999-3 HSC10010RJ 60
1625999-4 HSC10012R4J 60
1625999-5 HSC100150RJ 60
1625999-6 HSC10015RJ 60
1625999-7 HSC10016R6J 60
1625999-8 HSC100180RJ 60
1625999-9 HSC10018RJ 60
1630001-1 NHSC100180RJ 60
1630001-2 NHSC1001R0F 60
1630001-3 NHSC10027RJ 60
1630001-4 NHSC1008R2K 60
1630001-5 NHSC1001K8J 60
1630001-6 NHSC1004K7J 60
1630001-7 NHSC10022RJ 60
1630001-8 NHSC10018RF 60
1630001-9 NHSC1005RJ 60
1630012-1 HSC150100RJ 60
1630012-2 HSC15010RJ 60
1630012-3 HSC15015RJ 60
1630012-4 HSC1501K8G 60
1630012-5 HSC15022KJ 60
1630012-6 HSC15024RJ 60
1630012-7 HSC150270RJ 60
1630012-8 HSC1502R0G 60
1630012-9 HSC150340RJ 60
1630013-1 NHSC1501R2G 60
1630019-1 HSC200100RJ 60
1630019-2 HSC20010RJ 60
1630019-3 HSC20012KJ 60
1630019-4 HSC20012RJ 60
1630019-5 HSC20012RK 60
1630019-6 HSC200150RJ 60
1630019-7 HSC200180RJ 60
1630019-8 HSC2001K0J 60
1630019-9 HSC2001K5J 60
1630020-1 NHSC2001R0J 60
1630020-2 NHSC2001R47F 60
1630020-3 NHSC2002R2F 60
1630020-4 NHSC2005R6J 60
1630020-5 NHSC20015RJ 60
1630024-1 HSC250100RJ 60
1630024-2 HSC25010RJ 60
1630024-3 HSC2501R0J 60
1630024-4 HSC25020RJ 60
1630024-5 HSC25050RJ 60
1630024-6 HSC25056RJ 60
1630024-7 HSC2505R0E 60
1630024-8 HSC250R20F 60
1630027-1 HSC300100RJ 60
1630027-2 HSC30010KJ 60
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1630027-3 HSC30010RJ 60
1630027-4 HSC30018KJ 60
1630027-5 HSC3001K0J 60
1630027-6 HSC3001R0J 60
1630027-7 HSC300220RJ 60
1630027-8 HSC30022KJ 60
1630027-9 HSC30022RJ 60
1630028-1 NHSC30011RJ 60
1630028-2 NHSC30012RJ 60
1630028-3 NHSC30015RJ 60
1630028-4 NHSC3001K5J 60
1630028-5 NHSC3004K7J 60
1630028-6 NHSC3005R6J 60
1630028-7 NHSC30010RJ 60
1630028-8 NHSC300100RJ 60
1630184-1 YP1010KJ 70
1630184-3 YP1018KJ 70
1630184-5 YP1027KJ 70
1630184-7 YP102K0J 70
1630184-9 YP1047KJ 70
1630185-1 23PSB105MWA50N 234
1630186-1 HSA50R62J 60
1630186-2 HSA50R68J 60
1630186-3 HSA50R75J 60
1630186-5 HSA501R1J 60
1630186-6 HSA5025RJ 60
1630186-7 HSA5030RJ 60
1630186-8 HSA5075KE 60
1630301-1 CJS100020RJ 94
1630302-1 CJS70010RJ 94
1630302-2 CJS70020RJ 94
1630302-3 CJS7004R0J 94
1630340-1 TG61-10RKB 68
1630341-1 TG61-3R3KB 68
1630342-1 TG61-9K4KB 68
1630343-1 TG62-22KKB 68
1630344-1 TG66-15RKB 68
1630345-1 TG66-47RKB 68
1630346-1 TG85-100RJSM6 68
1630477-1 H4P62RFZAR 17
1630477-2 H4P680KFZAR 17
1630477-3 H4P680RFZAR 17
1630477-4 H4P68KFZAR 17
1630477-5 H4P68RFZAR 17
1630477-6 H4P6K2FZAR 17
1630477-7 H4P6K8FZAR 17
1630477-8 H4P750KFZAR 17
1630477-9 H4P750RFZAR 17
1630478-1 CB10LH101M 202
1630478-2 CB10LH102M 202
1630478-3 CB10LH103M 202
1630478-4 CB10LH104M 202
1630478-5 CB10LH105M 202
1630478-6 CB10LH106N 202
1630478-7 CB10LH221M 202
1630478-8 CB10LH222M 202
1630478-9 CB10LH223M 202
1630479-1 CB10MH101M 202
1630479-2 CB10MH101ME 202
1630479-3 CB10MH102M 202
1630479-4 CB10MH102ME 202
1630479-5 CB10MH103M 202
1630479-6 CB10MH103ME 202
1630479-7 CB10MH104M 202
1630479-8 CB10MH104ME 202
1630479-9 CB10MH105M 202
1630480-1 CB10LV101M 202
1630480-2 CB10LV102M 202
1630480-3 CB10LV103M 202
1630480-4 CB10LV104M 202
1630480-5 CB10LV105M 202
1630480-6 CB10LV106N 202
1630480-7 CB10LV221M 202
1630480-8 CB10LV222M 202
1630480-9 CB10LV223M 202
1630481-1 CB10MV101M 202
1630481-2 CB10MV101ME 202
1630481-3 CB10MV102M 202
1630481-4 CB10MV102ME 202
1630481-5 CB10MV103M 202
1630481-6 CB10MV103ME 202
1630481-7 CB10MV104M 202
1630481-8 CB10MV104ME 202
1630481-9 CB10MV105M 202
1630482-1 CM10LH101M 204
1630482-2 CM10LH102M 204
1630482-3 CM10LH103M 204
1630482-4 CM10LH104M 204
1630482-5 CM10LH105M 204
1630482-6 CM10LH106N 204
1630482-7 CM10LH221M 204
1630482-8 CM10LH222M 204

1630482-9 CM10LH223M 204
1630483-1 CM10LV101M 204
1630483-2 CM10LV102M 204
1630483-3 CM10LV103M 204
1630483-4 CM10LV104M 204
1630483-5 CM10LV105M 204
1630483-6 CM10LV106N 204
1630483-7 CM10LV221M 204
1630483-8 CM10LV222M 204
1630483-9 CM10LV223M 204
1630880-1 FSQ510RJ 127
1630880-2 FSQ3120RJ 127
1630880-3 FSQ768RJ 127
1630880-4 FSQ5WR47J 127
1630881-1 H814R7BDAR 17
1630883-1 CRG0805J200K 130
1630884-1 CRG0805J7K5 130
1630886-1 LR1F294K 136
1630887-1 LR1F47K5 136
1630888-1 LR1F4K64 136
1630891-1 NHSC2504R0E 60
1630891-2 NHSC25050RF 60
1630973-1 ER1B400KCC 21
1630973-2 ER1B800KCC 21
1630974-1 NHSB515RJ 60
1630996-1 TG54JS53180R 68
1630996-3 TG54JS531K5 68
1676003-1 CP16DH10IP06103 224
1676003-2 CP16DH10IP06104 224
1676003-3 CP16DH10IP06472 224
1676003-4 CP16DH10IP06473 224
1676003-5 CP16DH10IP06474 224
1676003-6 CP16DH10IP6103B 224
1676003-7 CP16DH10IP6104B 224
1676003-8 CP16DH10IP6472B 224
1676003-9 CP16DH10IP6473B 224
1676040-1 CJS300330RJ 94
1676058-1 FRN100SJ560R 124
1676117-1 TG5247RJB 68
1676123-1 ROX05SJ12K 144
1676125-1 29EXA102MLA30N 234
1676142-1 RN73C2A100KBTG 6
1676142-2 RN73C2A100KBTDF 6
1676142-3 RN73C2A100KBTD 6
1676143-1 RN73C2A100RBTG 6
1676143-2 RN73C2A100RBTDF 6
1676143-3 RN73C2A100RBTD 6
1676144-1 RN73C2A102KBTG 6
1676144-2 RN73C2A102KBTDF 6
1676144-3 RN73C2A102KBTD 6
1676145-1 RN73C2A102RBTG 6
1676145-2 RN73C2A102RBTDF 6
1676145-3 RN73C2A102RBTD 6
1676146-1 RN73C2A105KBTG 6
1676146-2 RN73C2A105KBTDF 6
1676146-3 RN73C2A105KBTD 6
1676147-1 RN73C2A105RBTG 6
1676147-2 RN73C2A105RBTDF 6
1676147-3 RN73C2A105RBTD 6
1676148-1 RN73C2A107KBTG 6
1676148-2 RN73C2A107KBTDF 6
1676148-3 RN73C2A107KBTD 6
1676149-1 RN73C2A107RBTG 6
1676149-2 RN73C2A107RBTDF 6
1676149-3 RN73C2A107RBTD 6
1676150-1 RN73C2A10K2BTG 6
1676150-2 RN73C2A10K2BTDF 6
1676150-3 RN73C2A10K2BTD 6
1676151-1 RN73C2A10K5BTG 6
1676151-2 RN73C2A10K5BTDF 6
1676151-3 RN73C2A10K5BTD 6
1676152-1 RN73C2A10K7BTG 6
1676152-2 RN73C2A10K7BTDF 6
1676152-3 RN73C2A10K7BTD 6
1676153-1 RN73C2A10KBTG 6
1676153-2 RN73C2A10KBTDF 6
1676153-3 RN73C2A10KBTD 6
1676154-1 RN73C2A110KBTG 6
1676154-2 RN73C2A110KBTDF 6
1676154-3 RN73C2A110KBTD 6
1676155-1 RN73C2A110RBTG 6
1676155-2 RN73C2A110RBTDF 6
1676155-3 RN73C2A110RBTD 6
1676156-1 RN73C2A113KBTG 6
1676156-2 RN73C2A113KBTDF 6
1676156-3 RN73C2A113KBTD 6
1676157-1 RN73C2A113RBTG 6
1676157-2 RN73C2A113RBTDF 6
1676157-3 RN73C2A113RBTD 6
1676158-1 RN73C2A115KBTG 6
1676158-2 RN73C2A115KBTDF 6
1676158-3 RN73C2A115KBTD 6

1676159-1 RN73C2A115RBTG 6
1676159-2 RN73C2A115RBTDF 6
1676159-3 RN73C2A115RBTD 6
1676160-1 RN73C2A118KBTG 6
1676160-2 RN73C2A118KBTDF 6
1676160-3 RN73C2A118KBTD 6
1676161-1 RN73C2A118RBTG 6
1676161-2 RN73C2A118RBTDF 6
1676161-3 RN73C2A118RBTD 6
1676162-1 RN73C2A11K3BTG 6
1676162-2 RN73C2A11K3BTDF 6
1676162-3 RN73C2A11K3BTD 6
1676163-1 RN73C2A11K5BTG 6
1676163-2 RN73C2A11K5BTDF 6
1676163-3 RN73C2A11K5BTD 6
1676164-1 RN73C2A11K8BTG 6
1676164-2 RN73C2A11K8BTDF 6
1676164-3 RN73C2A11K8BTD 6
1676165-1 RN73C2A11KBTG 6
1676165-2 RN73C2A11KBTDF 6
1676165-3 RN73C2A11KBTD 6
1676166-1 RN73C2A121KBTG 6
1676166-2 RN73C2A121KBTDF 6
1676166-3 RN73C2A121KBTD 6
1676167-1 RN73C2A121RBTG 6
1676167-2 RN73C2A121RBTDF 6
1676167-3 RN73C2A121RBTD 6
1676168-1 RN73C2A124KBTG 6
1676168-2 RN73C2A124KBTDF 6
1676168-3 RN73C2A124KBTD 6
1676169-1 RN73C2A124RBTG 6
1676169-2 RN73C2A124RBTDF 6
1676169-3 RN73C2A124RBTD 6
1676170-1 RN73C2A127KBTG 6
1676170-2 RN73C2A127KBTDF 6
1676170-3 RN73C2A127KBTD 6
1676171-1 RN73C2A127RBTG 6
1676171-2 RN73C2A127RBTDF 6
1676171-3 RN73C2A127RBTD 6
1676172-1 RN73C2A12K1BTG 6
1676172-2 RN73C2A12K1BTDF 6
1676172-3 RN73C2A12K1BTD 6
1676173-1 RN73C2A12K4BTG 6
1676173-2 RN73C2A12K4BTDF 6
1676173-3 RN73C2A12K4BTD 6
1676174-1 RN73C2A12K7BTG 6
1676174-2 RN73C2A12K7BTDF 6
1676174-3 RN73C2A12K7BTD 6
1676175-1 RN73C2A130KBTG 6
1676175-2 RN73C2A130KBTDF 6
1676175-3 RN73C2A130KBTD 6
1676176-1 RN73C2A130RBTG 6
1676176-2 RN73C2A130RBTDF 6
1676176-3 RN73C2A130RBTD 6
1676177-1 RN73C2A133KBTG 6
1676177-2 RN73C2A133KBTDF 6
1676177-3 RN73C2A133KBTD 6
1676178-1 RN73C2A133RBTG 6
1676178-2 RN73C2A133RBTDF 6
1676178-3 RN73C2A133RBTD 6
1676179-1 RN73C2A137KBTG 6
1676179-2 RN73C2A137KBTDF 6
1676179-3 RN73C2A137KBTD 6
1676180-1 RN73C2A137RBTG 6
1676180-2 RN73C2A137RBTDF 6
1676180-3 RN73C2A137RBTD 6
1676181-1 RN73C2A13K3BTG 6
1676181-2 RN73C2A13K3BTDF 6
1676181-3 RN73C2A13K3BTD 6
1676182-1 RN73C2A13K7BTG 6
1676182-2 RN73C2A13K7BTDF 6
1676182-3 RN73C2A13K7BTD 6
1676183-1 RN73C2A13KBTG 6
1676183-2 RN73C2A13KBTDF 6
1676183-3 RN73C2A13KBTD 6
1676184-1 RN73C2A140KBTG 6
1676184-2 RN73C2A140KBTDF 6
1676184-3 RN73C2A140KBTD 6
1676185-1 RN73C2A140RBTG 6
1676185-2 RN73C2A140RBTDF 6
1676185-3 RN73C2A140RBTD 6
1676186-1 RN73C2A143KBTG 6
1676186-2 RN73C2A143KBTDF 6
1676186-3 RN73C2A143KBTD 6
1676187-1 RN73C2A143RBTG 6
1676187-2 RN73C2A143RBTDF 6
1676187-3 RN73C2A143RBTD 6
1676188-1 RN73C2A147KBTG 6
1676188-2 RN73C2A147KBTDF 6
1676188-3 RN73C2A147KBTD 6
1676189-1 RN73C2A147RBTG 6
1676189-2 RN73C2A147RBTDF 6

1676189-3 RN73C2A147RBTD 6
1676190-1 RN73C2A14K3BTG 6
1676190-2 RN73C2A14K3BTDF 6
1676190-3 RN73C2A14K3BTD 6
1676191-1 RN73C2A14K7BTG 6
1676191-2 RN73C2A14K7BTDF 6
1676191-3 RN73C2A14K7BTD 6
1676192-1 RN73C2A14KBTG 6
1676192-2 RN73C2A14KBTDF 6
1676192-3 RN73C2A14KBTD 6
1676193-1 RN73C2A150KBTG 6
1676193-2 RN73C2A150KBTDF 6
1676193-3 RN73C2A150KBTD 6
1676194-1 RN73C2A150RBTG 6
1676194-2 RN73C2A150RBTDF 6
1676194-3 RN73C2A150RBTD 6
1676195-1 RN73C2A154RBTG 6
1676195-2 RN73C2A154RBTDF 6
1676195-3 RN73C2A154RBTD 6
1676196-1 RN73C2A158RBTG 6
1676196-2 RN73C2A158RBTDF 6
1676196-3 RN73C2A158RBTD 6
1676197-1 RN73C2A15K4BTG 6
1676197-2 RN73C2A15K4BTDF 6
1676197-3 RN73C2A15K4BTD 6
1676198-1 RN73C2A15K8BTG 6
1676198-2 RN73C2A15K8BTDF 6
1676198-3 RN73C2A15K8BTD 6
1676199-1 RN73C2A15KBTG 6
1676199-2 RN73C2A15KBTDF 6
1676199-3 RN73C2A15KBTD 6
1676200-1 RN73C2A162RBTG 6
1676200-2 RN73C2A162RBTDF 6
1676200-3 RN73C2A162RBTD 6
1676201-1 RN73C2A165RBTG 6
1676201-2 RN73C2A165RBTDF 6
1676201-3 RN73C2A165RBTD 6
1676202-1 RN73C2A169RBTG 6
1676202-2 RN73C2A169RBTDF 6
1676202-3 RN73C2A169RBTD 6
1676203-1 RN73C2A16K2BTG 6
1676203-2 RN73C2A16K2BTDF 6
1676203-3 RN73C2A16K2BTD 6
1676204-1 RN73C2A16K5BTG 6
1676204-2 RN73C2A16K5BTDF 6
1676204-3 RN73C2A16K5BTD 6
1676205-1 RN73C2A16K9BTG 6
1676205-2 RN73C2A16K9BTDF 6
1676205-3 RN73C2A16K9BTD 6
1676206-1 RN73C2A174RBTG 6
1676206-2 RN73C2A174RBTDF 6
1676206-3 RN73C2A174RBTD 6
1676207-1 RN73C2A178RBTG 6
1676207-2 RN73C2A178RBTDF 6
1676207-3 RN73C2A178RBTD 6
1676208-1 RN73C2A17K4BTG 6
1676208-2 RN73C2A17K4BTDF 6
1676208-3 RN73C2A17K4BTD 6
1676209-1 RN73C2A17K8BTG 6
1676209-2 RN73C2A17K8BTDF 6
1676209-3 RN73C2A17K8BTD 6
1676210-1 RN73C2A182RBTG 6
1676210-2 RN73C2A182RBTDF 6
1676210-3 RN73C2A182RBTD 6
1676211-1 RN73C2A187RBTG 6
1676211-2 RN73C2A187RBTDF 6
1676211-3 RN73C2A187RBTD 6
1676212-1 RN73C2A18K2BTG 6
1676212-2 RN73C2A18K2BTDF 6
1676212-3 RN73C2A18K2BTD 6
1676213-1 RN73C2A18K7BTG 6
1676213-2 RN73C2A18K7BTDF 6
1676213-3 RN73C2A18K7BTD 6
1676214-1 RN73C2A191RBTG 6
1676214-2 RN73C2A191RBTDF 6
1676214-3 RN73C2A191RBTD 6
1676215-1 RN73C2A196RBTG 6
1676215-2 RN73C2A196RBTDF 6
1676215-3 RN73C2A196RBTD 6
1676216-1 RN73C2A19K1BTG 6
1676216-2 RN73C2A19K1BTDF 6
1676216-3 RN73C2A19K1BTD 6
1676217-1 RN73C2A19K6BTG 6
1676217-2 RN73C2A19K6BTDF 6
1676217-3 RN73C2A19K6BTD 6
1676218-1 RN73C2A1K02BTG 6
1676218-2 RN73C2A1K02BTDF 6
1676218-3 RN73C2A1K02BTD 6
1676219-1 RN73C2A1K05BTG 6
1676219-2 RN73C2A1K05BTDF 6
1676219-3 RN73C2A1K05BTD 6
1676220-1 RN73C2A1K07BTG 6
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1676220-2 RN73C2A1K07BTDF 6
1676220-3 RN73C2A1K07BTD 6
1676221-1 RN73C2A1K0BTG 6
1676221-2 RN73C2A1K0BTDF 6
1676221-3 RN73C2A1K0BTD 6
1676222-1 RN73C2A1K13BTG 6
1676222-2 RN73C2A1K13BTDF 6
1676222-3 RN73C2A1K13BTD 6
1676223-1 RN73C2A1K15BTG 6
1676223-2 RN73C2A1K15BTDF 6
1676223-3 RN73C2A1K15BTD 6
1676224-1 RN73C2A1K18BTG 6
1676224-2 RN73C2A1K18BTDF 6
1676224-3 RN73C2A1K18BTD 6
1676225-1 RN73C2A1K1BTG 6
1676225-2 RN73C2A1K1BTDF 6
1676225-3 RN73C2A1K1BTD 6
1676226-1 RN73C2A1K21BTG 6
1676226-2 RN73C2A1K21BTDF 6
1676226-3 RN73C2A1K21BTD 6
1676227-1 RN73C2A1K24BTG 6
1676227-2 RN73C2A1K24BTDF 6
1676227-3 RN73C2A1K24BTD 6
1676228-1 RN73C2A1K27BTG 6
1676228-2 RN73C2A1K27BTDF 6
1676228-3 RN73C2A1K27BTD 6
1676229-1 RN73C2A1K33BTG 6
1676229-2 RN73C2A1K33BTDF 6
1676229-3 RN73C2A1K33BTD 6
1676230-1 RN73C2A1K37BTG 6
1676230-2 RN73C2A1K37BTDF 6
1676230-3 RN73C2A1K37BTD 6
1676231-1 RN73C2A1K3BTG 6
1676231-2 RN73C2A1K3BTDF 6
1676231-3 RN73C2A1K3BTD 6
1676232-1 RN73C2A1K43BTG 6
1676232-2 RN73C2A1K43BTDF 6
1676232-3 RN73C2A1K43BTD 6
1676233-1 RN73C2A1K47BTG 6
1676233-2 RN73C2A1K47BTDF 6
1676233-3 RN73C2A1K47BTD 6
1676234-1 RN73C2A1K4BTG 6
1676234-2 RN73C2A1K4BTDF 6
1676234-3 RN73C2A1K4BTD 6
1676235-1 RN73C2A1K54BTG 6
1676235-2 RN73C2A1K54BTDF 6
1676235-3 RN73C2A1K54BTD 6
1676236-1 RN73C2A1K58BTG 6
1676236-2 RN73C2A1K58BTDF 6
1676236-3 RN73C2A1K58BTD 6
1676237-1 RN73C2A1K5BTG 6
1676237-2 RN73C2A1K5BTDF 6
1676237-3 RN73C2A1K5BTD 6
1676238-1 RN73C2A1K62BTG 6
1676238-2 RN73C2A1K62BTDF 6
1676238-3 RN73C2A1K62BTD 6
1676239-1 RN73C2A1K65BTG 6
1676239-2 RN73C2A1K65BTDF 6
1676239-3 RN73C2A1K65BTD 6
1676240-1 RN73C2A1K69BTG 6
1676240-2 RN73C2A1K69BTDF 6
1676240-3 RN73C2A1K69BTD 6
1676241-1 RN73C2A1K74BTG 6
1676241-2 RN73C2A1K74BTDF 6
1676241-3 RN73C2A1K74BTD 6
1676242-1 RN73C2A1K78BTG 6
1676242-2 RN73C2A1K78BTDF 6
1676242-3 RN73C2A1K78BTD 6
1676243-1 RN73C2A1K82BTG 6
1676243-2 RN73C2A1K82BTDF 6
1676243-3 RN73C2A1K82BTD 6
1676244-1 RN73C2A1K87BTG 6
1676244-2 RN73C2A1K87BTDF 6
1676244-3 RN73C2A1K87BTD 6
1676245-1 RN73C2A1K91BTG 6
1676245-2 RN73C2A1K91BTDF 6
1676245-3 RN73C2A1K91BTD 6
1676246-1 RN73C2A1K96BTG 6
1676246-2 RN73C2A1K96BTDF 6
1676246-3 RN73C2A1K96BTD 6
1676247-1 RN73C2A200RBTG 6
1676247-2 RN73C2A200RBTDF 6
1676247-3 RN73C2A200RBTD 6
1676248-1 RN73C2A205RBTG 6
1676248-2 RN73C2A205RBTDF 6
1676248-3 RN73C2A205RBTD 6
1676249-1 RN73C2A20K5BTG 6
1676249-2 RN73C2A20K5BTDF 6
1676249-3 RN73C2A20K5BTD 6
1676250-1 RN73C2A20KBTG 6
1676250-2 RN73C2A20KBTDF 6
1676250-3 RN73C2A20KBTD 6

1676251-1 RN73C2A210RBTG 6
1676251-2 RN73C2A210RBTDF 6
1676251-3 RN73C2A210RBTD 6
1676252-1 RN73C2A215RBTG 6
1676252-2 RN73C2A215RBTDF 6
1676252-3 RN73C2A215RBTD 6
1676253-1 RN73C2A21K5BTG 6
1676253-2 RN73C2A21K5BTDF 6
1676253-3 RN73C2A21K5BTD 6
1676254-1 RN73C2A21KBTG 6
1676254-2 RN73C2A21KBTDF 6
1676254-3 RN73C2A21KBTD 6
1676255-1 RN73C2A221RBTG 6
1676255-2 RN73C2A221RBTDF 6
1676255-3 RN73C2A221RBTD 6
1676256-1 RN73C2A226RBTG 6
1676256-2 RN73C2A226RBTDF 6
1676256-3 RN73C2A226RBTD 6
1676257-1 RN73C2A22K1BTG 6
1676257-2 RN73C2A22K1BTDF 6
1676257-3 RN73C2A22K1BTD 6
1676258-1 RN73C2A22K6BTG 6
1676258-2 RN73C2A22K6BTDF 6
1676258-3 RN73C2A22K6BTD 6
1676259-1 RN73C2A232RBTG 6
1676259-2 RN73C2A232RBTDF 6
1676259-3 RN73C2A232RBTD 6
1676260-1 RN73C2A237RBTG 6
1676260-2 RN73C2A237RBTDF 6
1676260-3 RN73C2A237RBTD 6
1676261-1 RN73C2A23K2BTG 6
1676261-2 RN73C2A23K2BTDF 6
1676261-3 RN73C2A23K2BTD 6
1676262-1 RN73C2A23K7BTG 6
1676262-2 RN73C2A23K7BTDF 6
1676262-3 RN73C2A23K7BTD 6
1676263-1 RN73C2A243RBTG 6
1676263-2 RN73C2A243RBTDF 6
1676263-3 RN73C2A243RBTD 6
1676264-1 RN73C2A249RBTG 6
1676264-2 RN73C2A249RBTDF 6
1676264-3 RN73C2A249RBTD 6
1676265-1 RN73C2A24K3BTG 6
1676265-2 RN73C2A24K3BTDF 6
1676265-3 RN73C2A24K3BTD 6
1676266-1 RN73C2A24K9BTG 6
1676266-2 RN73C2A24K9BTDF 6
1676266-3 RN73C2A24K9BTD 6
1676267-1 RN73C2A255RBTG 6
1676267-2 RN73C2A255RBTDF 6
1676267-3 RN73C2A255RBTD 6
1676268-1 RN73C2A25K5BTG 6
1676268-2 RN73C2A25K5BTDF 6
1676268-3 RN73C2A25K5BTD 6
1676269-1 RN73C2A261RBTG 6
1676269-2 RN73C2A261RBTDF 6
1676269-3 RN73C2A261RBTD 6
1676270-1 RN73C2A267RBTG 6
1676270-2 RN73C2A267RBTDF 6
1676270-3 RN73C2A267RBTD 6
1676271-1 RN73C2A26K1BTG 6
1676271-2 RN73C2A26K1BTDF 6
1676271-3 RN73C2A26K1BTD 6
1676272-1 RN73C2A26K7BTG 6
1676272-2 RN73C2A26K7BTDF 6
1676272-3 RN73C2A26K7BTD 6
1676273-1 RN73C2A274RBTG 6
1676273-2 RN73C2A274RBTDF 6
1676273-3 RN73C2A274RBTD 6
1676274-1 RN73C2A27K4BTG 6
1676274-2 RN73C2A27K4BTDF 6
1676274-3 RN73C2A27K4BTD 6
1676275-1 RN73C2A280RBTG 6
1676275-2 RN73C2A280RBTDF 6
1676275-3 RN73C2A280RBTD 6
1676276-1 RN73C2A287RBTG 6
1676276-2 RN73C2A287RBTDF 6
1676276-3 RN73C2A287RBTD 6
1676277-1 RN73C2A28K7BTG 6
1676277-2 RN73C2A28K7BTDF 6
1676277-3 RN73C2A28K7BTD 6
1676278-1 RN73C2A28KBTG 6
1676278-2 RN73C2A28KBTDF 6
1676278-3 RN73C2A28KBTD 6
1676279-1 RN73C2A294RBTG 6
1676279-2 RN73C2A294RBTDF 6
1676279-3 RN73C2A294RBTD 6
1676280-1 RN73C2A29K4BTG 6
1676280-2 RN73C2A29K4BTDF 6
1676280-3 RN73C2A29K4BTD 6
1676281-1 RN73C2A2K05BTG 6
1676281-2 RN73C2A2K05BTDF 6

1676281-3 RN73C2A2K05BTD 6
1676282-1 RN73C2A2K0BTG 6
1676282-2 RN73C2A2K0BTDF 6
1676282-3 RN73C2A2K0BTD 6
1676283-1 RN73C2A2K15BTG 6
1676283-2 RN73C2A2K15BTDF 6
1676283-3 RN73C2A2K15BTD 6
1676284-1 RN73C2A2K1BTG 6
1676284-2 RN73C2A2K1BTDF 6
1676284-3 RN73C2A2K1BTD 6
1676285-1 RN73C2A2K21BTG 6
1676285-2 RN73C2A2K21BTDF 6
1676285-3 RN73C2A2K21BTD 6
1676286-1 RN73C2A2K26BTG 6
1676286-2 RN73C2A2K26BTDF 6
1676286-3 RN73C2A2K26BTD 6
1676287-1 RN73C2A2K32BTG 6
1676287-2 RN73C2A2K32BTDF 6
1676287-3 RN73C2A2K32BTD 6
1676288-1 RN73C2A2K37BTG 6
1676288-2 RN73C2A2K37BTDF 6
1676288-3 RN73C2A2K37BTD 6
1676289-1 RN73C2A2K43BTG 6
1676289-2 RN73C2A2K43BTDF 6
1676289-3 RN73C2A2K43BTD 6
1676290-1 RN73C2A2K49BTG 6
1676290-2 RN73C2A2K49BTDF 6
1676290-3 RN73C2A2K49BTD 6
1676291-1 RN73C2A2K55BTG 6
1676291-2 RN73C2A2K55BTDF 6
1676291-3 RN73C2A2K55BTD 6
1676292-1 RN73C2A2K61BTG 6
1676292-2 RN73C2A2K61BTDF 6
1676292-3 RN73C2A2K61BTD 6
1676293-1 RN73C2A2K67BTG 6
1676293-2 RN73C2A2K67BTDF 6
1676293-3 RN73C2A2K67BTD 6
1676294-1 RN73C2A2K74BTG 6
1676294-2 RN73C2A2K74BTDF 6
1676294-3 RN73C2A2K74BTD 6
1676295-1 RN73C2A2K87BTG 6
1676295-2 RN73C2A2K87BTDF 6
1676295-3 RN73C2A2K87BTD 6
1676296-1 RN73C2A2K8BTG 6
1676296-2 RN73C2A2K8BTDF 6
1676296-3 RN73C2A2K8BTD 6
1676297-1 RN73C2A2K94BTG 6
1676297-2 RN73C2A2K94BTDF 6
1676297-3 RN73C2A2K94BTD 6
1676298-1 RN73C2A301RBTG 6
1676298-2 RN73C2A301RBTDF 6
1676298-3 RN73C2A301RBTD 6
1676299-1 RN73C2A309RBTG 6
1676299-2 RN73C2A309RBTDF 6
1676299-3 RN73C2A309RBTD 6
1676300-1 RN73C2A30K1BTG 6
1676300-2 RN73C2A30K1BTDF 6
1676300-3 RN73C2A30K1BTD 6
1676301-1 RN73C2A30K9BTG 6
1676301-2 RN73C2A30K9BTDF 6
1676301-3 RN73C2A30K9BTD 6
1676302-1 RN73C2A316RBTG 6
1676302-2 RN73C2A316RBTDF 6
1676302-3 RN73C2A316RBTD 6
1676303-1 RN73C2A31K6BTG 6
1676303-2 RN73C2A31K6BTDF 6
1676303-3 RN73C2A31K6BTD 6
1676304-1 RN73C2A324RBTG 6
1676304-2 RN73C2A324RBTDF 6
1676304-3 RN73C2A324RBTD 6
1676305-1 RN73C2A32K4BTG 6
1676305-2 RN73C2A32K4BTDF 6
1676305-3 RN73C2A32K4BTD 6
1676306-1 RN73C2A332RBTG 6
1676306-2 RN73C2A332RBTDF 6
1676306-3 RN73C2A332RBTD 6
1676307-1 RN73C2A33K2BTG 6
1676307-2 RN73C2A33K2BTDF 6
1676307-3 RN73C2A33K2BTD 6
1676308-1 RN73C2A340RBTG 6
1676308-2 RN73C2A340RBTDF 6
1676308-3 RN73C2A340RBTD 6
1676309-1 RN73C2A348RBTG 6
1676309-2 RN73C2A348RBTDF 6
1676309-3 RN73C2A348RBTD 6
1676310-1 RN73C2A34K8BTG 6
1676310-2 RN73C2A34K8BTDF 6
1676310-3 RN73C2A34K8BTD 6
1676311-1 RN73C2A34KBTG 6
1676311-2 RN73C2A34KBTDF 6
1676311-3 RN73C2A34KBTD 6
1676312-1 RN73C2A357RBTG 6

1676312-2 RN73C2A357RBTDF 6
1676312-3 RN73C2A357RBTD 6
1676313-1 RN73C2A35K7BTG 6
1676313-2 RN73C2A35K7BTDF 6
1676313-3 RN73C2A35K7BTD 6
1676314-1 RN73C2A365RBTG 6
1676314-2 RN73C2A365RBTDF 6
1676314-3 RN73C2A365RBTD 6
1676315-1 RN73C2A36K5BTG 6
1676315-2 RN73C2A36K5BTDF 6
1676315-3 RN73C2A36K5BTD 6
1676316-1 RN73C2A374RBTG 6
1676316-2 RN73C2A374RBTDF 6
1676316-3 RN73C2A374RBTD 6
1676317-1 RN73C2A37K4BTG 6
1676317-2 RN73C2A37K4BTDF 6
1676317-3 RN73C2A37K4BTD 6
1676318-1 RN73C2A383RBTG 6
1676318-2 RN73C2A383RBTDF 6
1676318-3 RN73C2A383RBTD 6
1676319-1 RN73C2A38K3BTG 6
1676319-2 RN73C2A38K3BTDF 6
1676319-3 RN73C2A38K3BTD 6
1676320-1 RN73C2A392RBTG 6
1676320-2 RN73C2A392RBTDF 6
1676320-3 RN73C2A392RBTD 6
1676321-1 RN73C2A39K2BTG 6
1676321-2 RN73C2A39K2BTDF 6
1676321-3 RN73C2A39K2BTD 6
1676322-1 RN73C2A3K01BTG 6
1676322-2 RN73C2A3K01BTDF 6
1676322-3 RN73C2A3K01BTD 6
1676323-1 RN73C2A3K09BTG 6
1676323-2 RN73C2A3K09BTDF 6
1676323-3 RN73C2A3K09BTD 6
1676324-1 RN73C2A3K16BTG 6
1676324-2 RN73C2A3K16BTDF 6
1676324-3 RN73C2A3K16BTD 6
1676325-1 RN73C2A3K24BTG 6
1676325-2 RN73C2A3K24BTDF 6
1676325-3 RN73C2A3K24BTD 6
1676326-1 RN73C2A3K32BTG 6
1676326-2 RN73C2A3K32BTDF 6
1676326-3 RN73C2A3K32BTD 6
1676327-1 RN73C2A3K48BTG 6
1676327-2 RN73C2A3K48BTDF 6
1676327-3 RN73C2A3K48BTD 6
1676328-1 RN73C2A3K4BTG 6
1676328-2 RN73C2A3K4BTDF 6
1676328-3 RN73C2A3K4BTD 6
1676329-1 RN73C2A3K57BTG 6
1676329-2 RN73C2A3K57BTDF 6
1676329-3 RN73C2A3K57BTD 6
1676330-1 RN73C2A3K65BTG 6
1676330-2 RN73C2A3K65BTDF 6
1676330-3 RN73C2A3K65BTD 6
1676331-1 RN73C2A3K74BTG 6
1676331-2 RN73C2A3K74BTDF 6
1676331-3 RN73C2A3K74BTD 6
1676332-1 RN73C2A3K83BTG 6
1676332-2 RN73C2A3K83BTDF 6
1676332-3 RN73C2A3K83BTD 6
1676333-1 RN73C2A3K92BTG 6
1676333-2 RN73C2A3K92BTDF 6
1676333-3 RN73C2A3K92BTD 6
1676334-1 RN73C2A402RBTG 6
1676334-2 RN73C2A402RBTDF 6
1676334-3 RN73C2A402RBTD 6
1676335-1 RN73C2A40K2BTG 6
1676335-2 RN73C2A40K2BTDF 6
1676335-3 RN73C2A40K2BTD 6
1676336-1 RN73C2A412RBTG 6
1676336-2 RN73C2A412RBTDF 6
1676336-3 RN73C2A412RBTD 6
1676337-1 RN73C2A41K2BTG 6
1676337-2 RN73C2A41K2BTDF 6
1676337-3 RN73C2A41K2BTD 6
1676338-1 RN73C2A422RBTG 6
1676338-2 RN73C2A422RBTDF 6
1676338-3 RN73C2A422RBTD 6
1676339-1 RN73C2A42K2BTG 6
1676339-2 RN73C2A42K2BTDF 6
1676339-3 RN73C2A42K2BTD 6
1676340-1 RN73C2A432RBTG 6
1676340-2 RN73C2A432RBTDF 6
1676340-3 RN73C2A432RBTD 6
1676341-1 RN73C2A43K2BTG 6
1676341-2 RN73C2A43K2BTDF 6
1676341-3 RN73C2A43K2BTD 6
1676342-1 RN73C2A442RBTG 6
1676342-2 RN73C2A442RBTDF 6
1676342-3 RN73C2A442RBTD 6
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1676343-1 RN73C2A44K2BTG 6
1676343-2 RN73C2A44K2BTDF 6
1676343-3 RN73C2A44K2BTD 6
1676344-1 RN73C2A453RBTG 6
1676344-2 RN73C2A453RBTDF 6
1676344-3 RN73C2A453RBTD 6
1676345-1 RN73C2A45K3BTG 6
1676345-2 RN73C2A45K3BTDF 6
1676345-3 RN73C2A45K3BTD 6
1676346-1 RN73C2A464RBTG 6
1676346-2 RN73C2A464RBTDF 6
1676346-3 RN73C2A464RBTD 6
1676347-1 RN73C2A46K4BTG 6
1676347-2 RN73C2A46K4BTDF 6
1676347-3 RN73C2A46K4BTD 6
1676348-1 RN73C2A475RBTG 6
1676348-2 RN73C2A475RBTDF 6
1676348-3 RN73C2A475RBTD 6
1676349-1 RN73C2A47K5BTG 6
1676349-2 RN73C2A47K5BTDF 6
1676349-3 RN73C2A47K5BTD 6
1676350-1 RN73C2A487RBTG 6
1676350-2 RN73C2A487RBTDF 6
1676350-3 RN73C2A487RBTD 6
1676351-1 RN73C2A48K7BTG 6
1676351-2 RN73C2A48K7BTDF 6
1676351-3 RN73C2A48K7BTD 6
1676352-1 RN73C2A499RBTG 6
1676352-2 RN73C2A499RBTDF 6
1676352-3 RN73C2A499RBTD 6
1676353-1 RN73C2A49K9BTG 6
1676353-2 RN73C2A49K9BTDF 6
1676353-3 RN73C2A49K9BTD 6
1676354-1 RN73C2A4K02BTG 6
1676354-2 RN73C2A4K02BTDF 6
1676354-3 RN73C2A4K02BTD 6
1676355-1 RN73C2A4K12BTG 6
1676355-2 RN73C2A4K12BTDF 6
1676355-3 RN73C2A4K12BTD 6
1676356-1 RN73C2A4K22BTG 6
1676356-2 RN73C2A4K22BTDF 6
1676356-3 RN73C2A4K22BTD 6
1676357-1 RN73C2A4K32BTG 6
1676357-2 RN73C2A4K32BTDF 6
1676357-3 RN73C2A4K32BTD 6
1676358-1 RN73C2A4K42BTG 6
1676358-2 RN73C2A4K42BTDF 6
1676358-3 RN73C2A4K42BTD 6
1676359-1 RN73C2A4K53BTG 6
1676359-2 RN73C2A4K53BTDF 6
1676359-3 RN73C2A4K53BTD 6
1676360-1 RN73C2A4K64BTG 6
1676360-2 RN73C2A4K64BTDF 6
1676360-3 RN73C2A4K64BTD 6
1676361-1 RN73C2A4K75BTG 6
1676361-2 RN73C2A4K75BTDF 6
1676361-3 RN73C2A4K75BTD 6
1676362-1 RN73C2A4K87BTG 6
1676362-2 RN73C2A4K87BTDF 6
1676362-3 RN73C2A4K87BTD 6
1676363-1 RN73C2A4K99BTG 6
1676363-2 RN73C2A4K99BTDF 6
1676363-3 RN73C2A4K99BTD 6
1676364-1 RN73C2A511RBTG 6
1676364-2 RN73C2A511RBTDF 6
1676364-3 RN73C2A511RBTD 6
1676365-1 RN73C2A51K1BTG 6
1676365-2 RN73C2A51K1BTDF 6
1676365-3 RN73C2A51K1BTD 6
1676366-1 RN73C2A51R1BTG 6
1676366-2 RN73C2A51R1BTDF 6
1676366-3 RN73C2A51R1BTD 6
1676367-1 RN73C2A523RBTG 6
1676367-2 RN73C2A523RBTDF 6
1676367-3 RN73C2A523RBTD 6
1676368-1 RN73C2A52K3BTG 6
1676368-2 RN73C2A52K3BTDF 6
1676368-3 RN73C2A52K3BTD 6
1676369-1 RN73C2A52R3BTG 6
1676369-2 RN73C2A52R3BTDF 6
1676369-3 RN73C2A52R3BTD 6
1676370-1 RN73C2A536RBTG 6
1676370-2 RN73C2A536RBTDF 6
1676370-3 RN73C2A536RBTD 6
1676371-1 RN73C2A53K6BTG 6
1676371-2 RN73C2A53K6BTDF 6
1676371-3 RN73C2A53K6BTD 6
1676372-1 RN73C2A53R6BTG 6
1676372-2 RN73C2A53R6BTDF 6
1676372-3 RN73C2A53R6BTD 6
1676373-1 RN73C2A549RBTG 6
1676373-2 RN73C2A549RBTDF 6

1676373-3 RN73C2A549RBTD 6
1676374-1 RN73C2A54K9BTG 6
1676374-2 RN73C2A54K9BTDF 6
1676374-3 RN73C2A54K9BTD 6
1676375-1 RN73C2A54R9BTG 6
1676375-2 RN73C2A54R9BTDF 6
1676375-3 RN73C2A54R9BTD 6
1676376-1 RN73C2A562RBTG 6
1676376-2 RN73C2A562RBTDF 6
1676376-3 RN73C2A562RBTD 6
1676377-1 RN73C2A56K2BTG 6
1676377-2 RN73C2A56K2BTDF 6
1676377-3 RN73C2A56K2BTD 6
1676378-1 RN73C2A56R2BTG 6
1676378-2 RN73C2A56R2BTDF 6
1676378-3 RN73C2A56R2BTD 6
1676379-1 RN73C2A576RBTG 6
1676379-2 RN73C2A576RBTDF 6
1676379-3 RN73C2A576RBTD 6
1676380-1 RN73C2A57K6BTG 6
1676380-2 RN73C2A57K6BTDF 6
1676380-3 RN73C2A57K6BTD 6
1676381-1 RN73C2A57R6BTG 6
1676381-2 RN73C2A57R6BTDF 6
1676381-3 RN73C2A57R6BTD 6
1676382-1 RN73C2A590RBTG 6
1676382-2 RN73C2A590RBTDF 6
1676382-3 RN73C2A590RBTD 6
1676383-1 RN73C2A59KBTG 6
1676383-2 RN73C2A59KBTDF 6
1676383-3 RN73C2A59KBTD 6
1676384-1 RN73C2A59RBTG 6
1676384-2 RN73C2A59RBTDF 6
1676384-3 RN73C2A59RBTD 6
1676385-1 RN73C2A5K11BTG 6
1676385-2 RN73C2A5K11BTDF 6
1676385-3 RN73C2A5K11BTD 6
1676386-1 RN73C2A5K23BTG 6
1676386-2 RN73C2A5K23BTDF 6
1676386-3 RN73C2A5K23BTD 6
1676387-1 RN73C2A5K36BTG 6
1676387-2 RN73C2A5K36BTDF 6
1676387-3 RN73C2A5K36BTD 6
1676388-1 RN73C2A5K49BTG 6
1676388-2 RN73C2A5K49BTDF 6
1676388-3 RN73C2A5K49BTD 6
1676389-1 RN73C2A5K62BTG 6
1676389-2 RN73C2A5K62BTDF 6
1676389-3 RN73C2A5K62BTD 6
1676390-1 RN73C2A5K76BTG 6
1676390-2 RN73C2A5K76BTDF 6
1676390-3 RN73C2A5K76BTD 6
1676391-1 RN73C2A5K9BTG 6
1676391-2 RN73C2A5K9BTDF 6
1676391-3 RN73C2A5K9BTD 6
1676392-1 RN73C2A604RBTG 6
1676392-2 RN73C2A604RBTDF 6
1676392-3 RN73C2A604RBTD 6
1676393-1 RN73C2A60K4BTG 6
1676393-2 RN73C2A60K4BTDF 6
1676393-3 RN73C2A60K4BTD 6
1676394-1 RN73C2A60R4BTG 6
1676394-2 RN73C2A60R4BTDF 6
1676394-3 RN73C2A60R4BTD 6
1676395-1 RN73C2A619RBTG 6
1676395-2 RN73C2A619RBTDF 6
1676395-3 RN73C2A619RBTD 6
1676396-1 RN73C2A61K9BTG 6
1676396-2 RN73C2A61K9BTDF 6
1676396-3 RN73C2A61K9BTD 6
1676397-1 RN73C2A61R9BTG 6
1676397-2 RN73C2A61R9BTDF 6
1676397-3 RN73C2A61R9BTD 6
1676398-1 RN73C2A634RBTG 6
1676398-2 RN73C2A634RBTDF 6
1676398-3 RN73C2A634RBTD 6
1676399-1 RN73C2A63K4BTG 6
1676399-2 RN73C2A63K4BTDF 6
1676399-3 RN73C2A63K4BTD 6
1676400-1 RN73C2A63R4BTG 6
1676400-2 RN73C2A63R4BTDF 6
1676400-3 RN73C2A63R4BTD 6
1676401-1 RN73C2A649RBTG 6
1676401-2 RN73C2A649RBTDF 6
1676401-3 RN73C2A649RBTD 6
1676402-1 RN73C2A64K9BTG 6
1676402-2 RN73C2A64K9BTDF 6
1676402-3 RN73C2A64K9BTD 6
1676403-1 RN73C2A64R9BTG 6
1676403-2 RN73C2A64R9BTDF 6
1676403-3 RN73C2A64R9BTD 6
1676404-1 RN73C2A665RBTG 6

1676404-2 RN73C2A665RBTDF 6
1676404-3 RN73C2A665RBTD 6
1676405-1 RN73C2A66K5BTG 6
1676405-2 RN73C2A66K5BTDF 6
1676405-3 RN73C2A66K5BTD 6
1676406-1 RN73C2A66R5BTG 6
1676406-2 RN73C2A66R5BTDF 6
1676406-3 RN73C2A66R5BTD 6
1676407-1 RN73C2A681RBTG 6
1676407-2 RN73C2A681RBTDF 6
1676407-3 RN73C2A681RBTD 6
1676408-1 RN73C2A68K1BTG 6
1676408-2 RN73C2A68K1BTDF 6
1676408-3 RN73C2A68K1BTD 6
1676409-1 RN73C2A68R1BTG 6
1676409-2 RN73C2A68R1BTDF 6
1676409-3 RN73C2A68R1BTD 6
1676410-1 RN73C2A698RBTG 6
1676410-2 RN73C2A698RBTDF 6
1676410-3 RN73C2A698RBTD 6
1676411-1 RN73C2A69K8BTG 6
1676411-2 RN73C2A69K8BTDF 6
1676411-3 RN73C2A69K8BTD 6
1676412-1 RN73C2A69R8BTG 6
1676412-2 RN73C2A69R8BTDF 6
1676412-3 RN73C2A69R8BTD 6
1676413-1 RN73C2A6K04BTG 6
1676413-2 RN73C2A6K04BTDF 6
1676413-3 RN73C2A6K04BTD 6
1676414-1 RN73C2A6K19BTG 6
1676414-2 RN73C2A6K19BTDF 6
1676414-3 RN73C2A6K19BTD 6
1676415-1 RN73C2A6K34BTG 6
1676415-2 RN73C2A6K34BTDF 6
1676415-3 RN73C2A6K34BTD 6
1676416-1 RN73C2A6K49BTG 6
1676416-2 RN73C2A6K49BTDF 6
1676416-3 RN73C2A6K49BTD 6
1676417-1 RN73C2A6K65BTG 6
1676417-2 RN73C2A6K65BTDF 6
1676417-3 RN73C2A6K65BTD 6
1676418-1 RN73C2A6K81BTG 6
1676418-2 RN73C2A6K81BTDF 6
1676418-3 RN73C2A6K81BTD 6
1676419-1 RN73C2A6K98BTG 6
1676419-2 RN73C2A6K98BTDF 6
1676419-3 RN73C2A6K98BTD 6
1676420-1 RN73C2A715RBTG 6
1676420-2 RN73C2A715RBTDF 6
1676420-3 RN73C2A715RBTD 6
1676421-1 RN73C2A71K5BTG 6
1676421-2 RN73C2A71K5BTDF 6
1676421-3 RN73C2A71K5BTD 6
1676422-1 RN73C2A71R5BTG 6
1676422-2 RN73C2A71R5BTDF 6
1676422-3 RN73C2A71R5BTD 6
1676423-1 RN73C2A732RBTG 6
1676423-2 RN73C2A732RBTDF 6
1676423-3 RN73C2A732RBTD 6
1676424-1 RN73C2A73K2BTG 6
1676424-2 RN73C2A73K2BTDF 6
1676424-3 RN73C2A73K2BTD 6
1676425-1 RN73C2A73R2BTG 6
1676425-2 RN73C2A73R2BTDF 6
1676425-3 RN73C2A73R2BTD 6
1676426-1 RN73C2A750RBTG 6
1676426-2 RN73C2A750RBTDF 6
1676426-3 RN73C2A750RBTD 6
1676427-1 RN73C2A75KBTG 6
1676427-2 RN73C2A75KBTDF 6
1676427-3 RN73C2A75KBTD 6
1676428-1 RN73C2A75RBTG 6
1676428-2 RN73C2A75RBTDF 6
1676428-3 RN73C2A75RBTD 6
1676429-1 RN73C2A768RBTG 6
1676429-2 RN73C2A768RBTDF 6
1676429-3 RN73C2A768RBTD 6
1676430-1 RN73C2A76K8BTG 6
1676430-2 RN73C2A76K8BTDF 6
1676430-3 RN73C2A76K8BTD 6
1676431-1 RN73C2A76R8BTG 6
1676431-2 RN73C2A76R8BTDF 6
1676431-3 RN73C2A76R8BTD 6
1676432-1 RN73C2A787RBTG 6
1676432-2 RN73C2A787RBTDF 6
1676432-3 RN73C2A787RBTD 6
1676433-1 RN73C2A78K7BTG 6
1676433-2 RN73C2A78K7BTDF 6
1676433-3 RN73C2A78K7BTD 6
1676434-1 RN73C2A78R7BTG 6
1676434-2 RN73C2A78R7BTDF 6
1676434-3 RN73C2A78R7BTD 6

1676435-1 RN73C2A7K15BTG 6
1676435-2 RN73C2A7K15BTDF 6
1676435-3 RN73C2A7K15BTD 6
1676436-1 RN73C2A7K32BTG 6
1676436-2 RN73C2A7K32BTDF 6
1676436-3 RN73C2A7K32BTD 6
1676437-1 RN73C2A7K5BTG 6
1676437-2 RN73C2A7K5BTDF 6
1676437-3 RN73C2A7K5BTD 6
1676438-1 RN73C2A7K68BTG 6
1676438-2 RN73C2A7K68BTDF 6
1676438-3 RN73C2A7K68BTD 6
1676439-1 RN73C2A7K87BTG 6
1676439-2 RN73C2A7K87BTDF 6
1676439-3 RN73C2A7K87BTD 6
1676440-1 RN73C2A806RBTG 6
1676440-2 RN73C2A806RBTDF 6
1676440-3 RN73C2A806RBTD 6
1676441-1 RN73C2A80K6BTG 6
1676441-2 RN73C2A80K6BTDF 6
1676441-3 RN73C2A80K6BTD 6
1676442-1 RN73C2A80R6BTG 6
1676442-2 RN73C2A80R6BTDF 6
1676442-3 RN73C2A80R6BTD 6
1676443-1 RN73C2A825RBTG 6
1676443-2 RN73C2A825RBTDF 6
1676443-3 RN73C2A825RBTD 6
1676444-1 RN73C2A82K5BTG 6
1676444-2 RN73C2A82K5BTDF 6
1676444-3 RN73C2A82K5BTD 6
1676445-1 RN73C2A82R5BTG 6
1676445-2 RN73C2A82R5BTDF 6
1676445-3 RN73C2A82R5BTD 6
1676446-1 RN73C2A845RBTG 6
1676446-2 RN73C2A845RBTDF 6
1676446-3 RN73C2A845RBTD 6
1676447-1 RN73C2A84K5BTG 6
1676447-2 RN73C2A84K5BTDF 6
1676447-3 RN73C2A84K5BTD 6
1676448-1 RN73C2A84R5BTG 6
1676448-2 RN73C2A84R5BTDF 6
1676448-3 RN73C2A84R5BTD 6
1676449-1 RN73C2A866RBTG 6
1676449-2 RN73C2A866RBTDF 6
1676449-3 RN73C2A866RBTD 6
1676450-1 RN73C2A86K6BTG 6
1676450-2 RN73C2A86K6BTDF 6
1676450-3 RN73C2A86K6BTD 6
1676451-1 RN73C2A86R6BTG 6
1676451-2 RN73C2A86R6BTDF 6
1676451-3 RN73C2A86R6BTD 6
1676452-1 RN73C2A887RBTG 6
1676452-2 RN73C2A887RBTDF 6
1676452-3 RN73C2A887RBTD 6
1676453-1 RN73C2A88K7BTG 6
1676453-2 RN73C2A88K7BTDF 6
1676453-3 RN73C2A88K7BTD 6
1676454-1 RN73C2A88R7BTG 6
1676454-2 RN73C2A88R7BTDF 6
1676454-3 RN73C2A88R7BTD 6
1676455-1 RN73C2A8K06BTG 6
1676455-2 RN73C2A8K06BTDF 6
1676455-3 RN73C2A8K06BTD 6
1676456-1 RN73C2A8K25BTG 6
1676456-2 RN73C2A8K25BTDF 6
1676456-3 RN73C2A8K25BTD 6
1676457-1 RN73C2A8K45BTG 6
1676457-2 RN73C2A8K45BTDF 6
1676457-3 RN73C2A8K45BTD 6
1676458-1 RN73C2A8K66BTG 6
1676458-2 RN73C2A8K66BTDF 6
1676458-3 RN73C2A8K66BTD 6
1676459-1 RN73C2A8K87BTG 6
1676459-2 RN73C2A8K87BTDF 6
1676459-3 RN73C2A8K87BTD 6
1676460-1 RN73C2A909RBTG 6
1676460-2 RN73C2A909RBTDF 6
1676460-3 RN73C2A909RBTD 6
1676461-1 RN73C2A90K9BTG 6
1676461-2 RN73C2A90K9BTDF 6
1676461-3 RN73C2A90K9BTD 6
1676462-1 RN73C2A90R9BTG 6
1676462-2 RN73C2A90R9BTDF 6
1676462-3 RN73C2A90R9BTD 6
1676463-1 RN73C2A931RBTG 6
1676463-2 RN73C2A931RBTDF 6
1676463-3 RN73C2A931RBTD 6
1676464-1 RN73C2A93K1BTG 6
1676464-2 RN73C2A93K1BTDF 6
1676464-3 RN73C2A93K1BTD 6
1676465-1 RN73C2A93R1BTG 6
1676465-2 RN73C2A93R1BTDF 6
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1676465-3 RN73C2A93R1BTD 6
1676466-1 RN73C2A953RBTG 6
1676466-2 RN73C2A953RBTDF 6
1676466-3 RN73C2A953RBTD 6
1676467-1 RN73C2A95K3BTG 6
1676467-2 RN73C2A95K3BTDF 6
1676467-3 RN73C2A95K3BTD 6
1676468-1 RN73C2A95R3BTG 6
1676468-2 RN73C2A95R3BTDF 6
1676468-3 RN73C2A95R3BTD 6
1676469-1 RN73C2A976RBTG 6
1676469-2 RN73C2A976RBTDF 6
1676469-3 RN73C2A976RBTD 6
1676470-1 RN73C2A97K6BTG 6
1676470-2 RN73C2A97K6BTDF 6
1676470-3 RN73C2A97K6BTD 6
1676471-1 RN73C2A97R6BTG 6
1676471-2 RN73C2A97R6BTDF 6
1676471-3 RN73C2A97R6BTD 6
1676472-1 RN73C2A9K09BTG 6
1676472-2 RN73C2A9K09BTDF 6
1676472-3 RN73C2A9K09BTD 6
1676473-1 RN73C2A9K31BTG 6
1676473-2 RN73C2A9K31BTDF 6
1676473-3 RN73C2A9K31BTD 6
1676474-1 RN73C2A9K53BTG 6
1676474-2 RN73C2A9K53BTDF 6
1676474-3 RN73C2A9K53BTD 6
1676475-1 RN73C2A9K76BTG 6
1676475-2 RN73C2A9K76BTDF 6
1676475-3 RN73C2A9K76BTD 6
1676480-1 CRG0402F100K 130
1676480-2 CRG0402F100R 130
1676480-3 CRG0402F10K 130
1676480-4 CRG0402F110K 130
1676480-5 CRG0402F110R 130
1676480-6 CRG0402F11K 130
1676480-7 CRG0402F120K 130
1676480-8 CRG0402F120R 130
1676480-9 CRG0402F12K 130
1676493-1 CJS27550RJ 94
1676493-2 CJS2757K5J 94
1676494-1 CJS55050RJ 94
1676494-2 CJS55010RK 94
1676495-1 CJS60050RJ 94
1676495-2 CJS6007K2J 94
1676495-3 CJS6007K8J 94
1676557-1 HVR60D400MJ 116
1676557-2 HVR60D100MJ 116
1676557-3 HVR60D200MJ 116
1676625-1 HSA25R33J 60
1676625-2 HSA25150RJ 60
1676625-3 HSA25270RJ 60
1676625-4 HSA25R02J 60
1676625-5 HSA25R05J 60
1676625-6 HSA25R50J 60
1676625-7 HSA255R0J 60
1676625-8 HSA2575RJ 60
1676625-9 HSA255K6J 60
1676636-1 RN73C2A10R2BTG 6
1676636-2 RN73C2A10R2BTDF 6
1676636-3 RN73C2A10R2BTD 6
1676637-1 RN73C2A10R5BTG 6
1676637-2 RN73C2A10R5BTDF 6
1676637-3 RN73C2A10R5BTD 6
1676638-1 RN73C2A10R7BTG 6
1676638-2 RN73C2A10R7BTDF 6
1676638-3 RN73C2A10R7BTD 6
1676639-1 RN73C2A10RBTG 6
1676639-2 RN73C2A10RBTDF 6
1676639-3 RN73C2A10RBTD 6
1676640-1 RN73C2A11R3BTG 6
1676640-2 RN73C2A11R3BTDF 6
1676640-3 RN73C2A11R3BTD 6
1676641-1 RN73C2A11R5BTG 6
1676641-2 RN73C2A11R5BTDF 6
1676641-3 RN73C2A11R5BTD 6
1676642-1 RN73C2A11R8BTG 6
1676642-2 RN73C2A11R8BTDF 6
1676642-3 RN73C2A11R8BTD 6
1676643-1 RN73C2A11RBTG 6
1676643-2 RN73C2A11RBTDF 6
1676643-3 RN73C2A11RBTD 6
1676644-1 RN73C2A12R1BTG 6
1676644-2 RN73C2A12R1BTDF 6
1676644-3 RN73C2A12R1BTD 6
1676645-1 RN73C2A12R4BTG 6
1676645-2 RN73C2A12R4BTDF 6
1676645-3 RN73C2A12R4BTD 6
1676646-1 RN73C2A12R7BTG 6
1676646-2 RN73C2A12R7BTDF 6
1676646-3 RN73C2A12R7BTD 6

1676647-1 RN73C2A13R3BTG 6
1676647-2 RN73C2A13R3BTDF 6
1676647-3 RN73C2A13R3BTD 6
1676648-1 RN73C2A13R7BTG 6
1676648-2 RN73C2A13R7BTDF 6
1676648-3 RN73C2A13R7BTD 6
1676649-1 RN73C2A13RBTG 6
1676649-2 RN73C2A13RBTDF 6
1676649-3 RN73C2A13RBTD 6
1676650-1 RN73C2A14R3BTG 6
1676650-2 RN73C2A14R3BTDF 6
1676650-3 RN73C2A14R3BTD 6
1676651-1 RN73C2A14R7BTG 6
1676651-2 RN73C2A14R7BTDF 6
1676651-3 RN73C2A14R7BTD 6
1676652-1 RN73C2A14RBTG 6
1676652-2 RN73C2A14RBTDF 6
1676652-3 RN73C2A14RBTD 6
1676653-1 RN73C2A15R4BTG 6
1676653-2 RN73C2A15R4BTDF 6
1676653-3 RN73C2A15R4BTD 6
1676654-1 RN73C2A15R8BTG 6
1676654-2 RN73C2A15R8BTDF 6
1676654-3 RN73C2A15R8BTD 6
1676655-1 RN73C2A15RBTG 6
1676655-2 RN73C2A15RBTDF 6
1676655-3 RN73C2A15RBTD 6
1676656-1 RN73C2A16R2BTG 6
1676656-2 RN73C2A16R2BTDF 6
1676656-3 RN73C2A16R2BTD 6
1676657-1 RN73C2A16R5BTG 6
1676657-2 RN73C2A16R5BTDF 6
1676657-3 RN73C2A16R5BTD 6
1676658-1 RN73C2A16R9BTG 6
1676658-2 RN73C2A16R9BTDF 6
1676658-3 RN73C2A16R9BTD 6
1676659-1 RN73C2A17R4BTG 6
1676659-2 RN73C2A17R4BTDF 6
1676659-3 RN73C2A17R4BTD 6
1676660-1 RN73C2A17R8BTG 6
1676660-2 RN73C2A17R8BTDF 6
1676660-3 RN73C2A17R8BTD 6
1676661-1 RN73C2A18R2BTG 6
1676661-2 RN73C2A18R2BTDF 6
1676661-3 RN73C2A18R2BTD 6
1676662-1 RN73C2A18R7BTG 6
1676662-2 RN73C2A18R7BTDF 6
1676662-3 RN73C2A18R7BTD 6
1676663-1 RN73C2A19R1BTG 6
1676663-2 RN73C2A19R1BTDF 6
1676663-3 RN73C2A19R1BTD 6
1676664-1 RN73C2A19R6BTG 6
1676664-2 RN73C2A19R6BTDF 6
1676664-3 RN73C2A19R6BTD 6
1676665-1 RN73C2A20R5BTG 6
1676665-2 RN73C2A20R5BTDF 6
1676665-3 RN73C2A20R5BTD 6
1676666-1 RN73C2A20RBTG 6
1676666-2 RN73C2A20RBTDF 6
1676666-3 RN73C2A20RBTD 6
1676667-1 RN73C2A21R5BTG 6
1676667-2 RN73C2A21R5BTDF 6
1676667-3 RN73C2A21R5BTD 6
1676668-1 RN73C2A21RBTG 6
1676668-2 RN73C2A21RBTDF 6
1676668-3 RN73C2A21RBTD 6
1676669-1 RN73C2A22R1BTG 6
1676669-2 RN73C2A22R1BTDF 6
1676669-3 RN73C2A22R1BTD 6
1676670-1 RN73C2A22R6BTG 6
1676670-2 RN73C2A22R6BTDF 6
1676670-3 RN73C2A22R6BTD 6
1676671-1 RN73C2A23R2BTG 6
1676671-2 RN73C2A23R2BTDF 6
1676671-3 RN73C2A23R2BTD 6
1676672-1 RN73C2A23R7BTG 6
1676672-2 RN73C2A23R7BTDF 6
1676672-3 RN73C2A23R7BTD 6
1676673-1 RN73C2A24R3BTG 6
1676673-2 RN73C2A24R3BTDF 6
1676673-3 RN73C2A24R3BTD 6
1676674-1 RN73C2A24R9BTG 6
1676674-2 RN73C2A24R9BTDF 6
1676674-3 RN73C2A24R9BTD 6
1676675-1 RN73C2A25R5BTG 6
1676675-2 RN73C2A25R5BTDF 6
1676675-3 RN73C2A25R5BTD 6
1676676-1 RN73C2A26R1BTG 6
1676676-2 RN73C2A26R1BTDF 6
1676676-3 RN73C2A26R1BTD 6
1676677-1 RN73C2A26R7BTG 6
1676677-2 RN73C2A26R7BTDF 6

1676677-3 RN73C2A26R7BTD 6
1676677-4 RN73C2A274KBTG 6
1676678-1 RN73C2A27R4BTG 6
1676678-2 RN73C2A27R4BTDF 6
1676678-3 RN73C2A27R4BTD 6
1676678-4 RN73C2A280KBTG 6
1676679-1 RN73C2A28R7BTG 6
1676679-2 RN73C2A28R7BTDF 6
1676679-3 RN73C2A28R7BTD 6
1676680-1 RN73C2A28RBTG 6
1676680-2 RN73C2A28RBTDF 6
1676680-3 RN73C2A28RBTD 6
1676681-1 RN73C2A29R4BTG 6
1676681-2 RN73C2A29R4BTDF 6
1676681-3 RN73C2A29R4BTD 6
1676682-1 RN73C2A30R1BTG 6
1676682-2 RN73C2A30R1BTDF 6
1676682-3 RN73C2A30R1BTD 6
1676683-1 RN73C2A30R9BTG 6
1676683-2 RN73C2A30R9BTDF 6
1676683-3 RN73C2A30R9BTD 6
1676684-1 RN73C2A31R6BTG 6
1676684-2 RN73C2A31R6BTDF 6
1676684-3 RN73C2A31R6BTD 6
1676685-1 RN73C2A32R4BTG 6
1676685-2 RN73C2A32R4BTDF 6
1676685-3 RN73C2A32R4BTD 6
1676686-1 RN73C2A33R2BTG 6
1676686-2 RN73C2A33R2BTDF 6
1676686-3 RN73C2A33R2BTD 6
1676687-1 RN73C2A34R8BTG 6
1676687-2 RN73C2A34R8BTDF 6
1676687-3 RN73C2A34R8BTD 6
1676688-1 RN73C2A34RBTG 6
1676688-2 RN73C2A34RBTDF 6
1676688-3 RN73C2A34RBTD 6
1676689-1 RN73C2A35R7BTG 6
1676689-2 RN73C2A35R7BTDF 6
1676689-3 RN73C2A35R7BTD 6
1676690-1 RN73C2A36R5BTG 6
1676690-2 RN73C2A36R5BTDF 6
1676690-3 RN73C2A36R5BTD 6
1676691-1 RN73C2A37R4BTG 6
1676691-2 RN73C2A37R4BTDF 6
1676691-3 RN73C2A37R4BTD 6
1676692-1 RN73C2A38R3BTG 6
1676692-2 RN73C2A38R3BTDF 6
1676692-3 RN73C2A38R3BTD 6
1676693-1 RN73C2A39R2BTG 6
1676693-2 RN73C2A39R2BTDF 6
1676693-3 RN73C2A39R2BTD 6
1676694-1 RN73C2A40R2BTG 6
1676694-2 RN73C2A40R2BTDF 6
1676694-3 RN73C2A40R2BTD 6
1676695-1 RN73C2A41R2BTG 6
1676695-2 RN73C2A41R2BTDF 6
1676695-3 RN73C2A41R2BTD 6
1676696-1 RN73C2A42R2BTG 6
1676696-2 RN73C2A42R2BTDF 6
1676696-3 RN73C2A42R2BTD 6
1676697-1 RN73C2A43R2BTG 6
1676697-2 RN73C2A43R2BTDF 6
1676697-3 RN73C2A43R2BTD 6
1676698-1 RN73C2A44R2BTG 6
1676698-2 RN73C2A44R2BTDF 6
1676698-3 RN73C2A44R2BTD 6
1676699-1 RN73C2A45R3BTG 6
1676699-2 RN73C2A45R3BTDF 6
1676699-3 RN73C2A45R3BTD 6
1676700-1 RN73C2A46R4BTG 6
1676700-2 RN73C2A46R4BTDF 6
1676700-3 RN73C2A46R4BTD 6
1676701-1 RN73C2A47R5BTG 6
1676701-2 RN73C2A47R5BTDF 6
1676701-3 RN73C2A47R5BTD 6
1676702-1 RN73C2A48R7BTG 6
1676702-2 RN73C2A48R7BTDF 6
1676702-3 RN73C2A48R7BTD 6
1676703-1 RN73C2A49R9BTG 6
1676703-2 RN73C2A49R9BTDF 6
1676703-3 RN73C2A49R9BTD 6
1676729-1 MPC321K0J 72
1676731-1 RN73A2A100RBTDF 6
1676731-2 RN73A2A75RBTDF 6
1676731-3 RN73A2A20K5BTD 6
1676749-1 TG53JB441K5 68
1676787-1 TG83-53KJSM2 68
1676788-1 TG81-210RJSM2 68
1676814-1 HSA51K0F 60
1676814-2 HSA5230RJ 60
1676814-3 HSA51R0F 60
1676831-1 CB15KV17103MB 210

1676831-2 CB15LV12203M 210
1676831-3 CB15NH5104M 210
1676831-4 CB15NV12503M 210
1676831-5 CB15NV12203M 210
1676831-6 CB15KV12103MB 210
1676832-1 CJB2501RJ 98
1676832-2 CJB25050RJ 98
1676833-1 CJB5001RJ 98
1676833-2 CJB50010RJ 98
1676833-3 CJB50075RJ 98
1676834-1 CJB7501RJ 98
1676834-2 CJB7502RJ 98
1676834-3 CJB7506RJ 98
1676834-4 CJB750100RJ 98
1676835-1 CJB10001RJ 98
1676835-2 CJB10002RJ 98
1676835-3 CJB10005RJ 98
1676835-4 CJB100010RJ 98
1676835-5 CJB1000130RJ 98
1676840-1 HSX5086KF 64
1676845-1 H4P100KFCAR 17
1676845-2 H4P12KFCAR 17
1676845-3 H4P133RFCAR 17
1676845-4 H4P13KFCAR 17
1676845-5 H4P15KFCAR 17
1676845-6 H4P18KFCAR 17
1676845-7 H4P1K2FCAR 17
1676845-8 H4P1K3FCAR 17
1676845-9 H4P1M0FCAR 17
1676846-1 SBCLF433RJ 54
1676847-2 RN73C2A221KBTDF 6
1676913-1 YR1B1K02CC 21
1676913-2 YR1B1K05CC 21
1676913-3 YR1B1K07CC 21
1676913-4 YR1B1K13CC 21
1676913-5 YR1B1K15CC 21
1676913-6 YR1B1K18CC 21
1676913-7 YR1B1K1CC 21
1676913-8 YR1B1K21CC 21
1676913-9 YR1B1K24CC 21
1676914-1 YR1B34K8CC 21
1676914-2 YR1B34KCC 21
1676914-3 YR1B357KCC 21
1676914-4 YR1B357RCC 21
1676914-5 YR1B35K7CC 21
1676914-6 YR1B36K5CC 21
1676914-7 YR1B374RCC 21
1676914-8 YR1B37K4CC 21
1676914-9 YR1B383RCC 21
1676915-1 YR1B6K34CC 21
1676915-2 YR1B6K49CC 21
1676915-3 YR1B6K65CC 21
1676915-4 YR1B6K81CC 21
1676915-5 YR1B6K98CC 21
1676915-6 YR1B715RCC 21
1676915-7 YR1B71R5CC 21
1676915-8 YR1B732RCC 21
1676915-9 YR1B750KCC 21
1676965-1 HSA1020RF 60
1676966-1 SMW2R10JT 45
1676966-3 SMW2R12JT 45
1676966-5 SMW2R15JT 45
1676966-7 SMW2R18JT 45
1676966-9 SMW2R22JT 45
1676970-1 RN73C1J51K1BTG 6
1676970-2 RN73C1J52K3BTG 6
1676970-3 RN73C1J53K6BTG 6
1676970-4 RN73C1J54K9BTG 6
1676970-5 RN73C1J56K2BTG 6
1676970-6 RN73C1J57K6BTG 6
1676970-7 RN73C1J59KBTG 6
1676971-1 RN73C2A154KBTG 6
1676971-2 RN73C2A158KBTG 6
1676971-3 RN73C2A162KBTG 6
1676971-4 RN73C2A165KBTG 6
1676971-5 RN73C2A169KBTG 6
1676971-6 RN73C2A174KBTG 6
1676971-7 RN73C2A178KBTG 6
1676971-8 RN73C2A182KBTG 6
1676971-9 RN73C2A187KBTG 6
1676979-1 TW1100KA 241
1676979-2 TW1101KA 241
1676979-3 TW1102KA 241
1676979-4 TW1103KA 241
1676979-5 TW1250KA 241
1676979-6 TW1251KA 241
1676979-7 TW1252KA 241
1676979-8 TW1253KA 241
1676979-9 TW1500KA 241
1676991-1 SBCHE847RJ 54
1676991-2 SBCHE8150RJ 54
1879011-1 SMF2220RJT 45
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1879011-3 SMF2270RJT 45
1879011-5 SMF2330RJT 45
1879011-7 SMF2390RJT 45
1879011-9 SMF2470RJT 45
1879015-1 RN73A2B499RBTDF 6
1879021-1 SMW3R10JT 45
1879021-3 SMW3R12JT 45
1879021-5 SMW3R15JT 45
1879021-7 SMW3R18JT 45
1879021-9 SMW3R22JT 45
1879022-1 SMF3330RJT 45
1879022-3 SMF3390RJT 45
1879022-5 SMF3470RJT 45
1879022-7 SMF3560RJT 45
1879022-9 SMF3680RJT 45
1879026-1 YR1B10R2CC 21
1879026-2 YR1B10R5CC 21
1879026-3 YR1B10R7CC 21
1879026-4 YR1B10RCC 21
1879026-5 YR1B11R3CC 21
1879026-6 YR1B11R5CC 21
1879026-7 YR1B11R8CC 21
1879026-8 YR1B11RCC 21
1879026-9 YR1B12R1CC 21
1879027-1 YR1B523KCC 21
1879027-2 YR1B52R3CC 21
1879027-3 YR1B536KCC 21
1879027-4 YR1B549KCC 21
1879027-5 YR1B54R9CC 21
1879027-6 YR1B576KCC 21
1879027-7 YR1B57R6CC 21
1879027-8 YR1B590KCC 21
1879027-9 YR1B604KCC 21
1879028-1 RN73C2A287KBTG 6
1879028-2 RN73C2A294KBTG 6
1879028-3 RN73C2A301KBTG 6
1879028-4 RN73C2A309KBTG 6
1879028-5 RN73C2A316KBTG 6
1879028-6 RN73C2A324KBTG 6
1879028-7 RN73C2A332KBTG 6
1879028-8 RN73C2A340KBTG 6
1879028-9 RN73C2A348KBTG 6
1879029-1 3213X101M 183
1879029-2 3213X102M 183
1879029-3 3213X103M 183
1879029-4 3213X104M 183
1879029-5 3213X105M 183
1879029-6 3213X201M 183
1879029-7 3213X202M 183
1879029-8 3213X203M 183
1879029-9 3213X204M 183
1879032-1 H4P121RFCAR 17
1879032-2 H4P12K1FCAR 17
1879032-3 H4P130KFCAR 17
1879032-4 H4P13K3FCAR 17
1879032-5 H4P160KFCAR 17
1879032-6 H4P160RFCAR 17
1879032-7 H4P16KFCAR 17
1879032-8 H4P16RFCAR 17
1879032-9 H4P170KFCAR 17
1879053-1 FKN3R15JT 126
1879053-2 FKN3R22JT 126
1879053-3 FKN3R47JT 126
1879061-1 CPF0402B3K0E 10
1879061-2 CPF0402B12KE 10
1879066-1 ER743R9FT 58
1-1613079-0 H24M7CZBR 20
1-1613079-1 H24M7FCAR 20
1-1613127-0 H4100KFYBR 17
1-1613127-1 H4100KAYAR 17
1-1613127-2 H4100KBZBR 17
1-1613128-0 H4100RFCBR 17
1-1613128-1 H4100RFYBR 17
1-1613134-0 H410KDZBR 17
1-1613134-1 H410KFCBR 17
1-1613134-2 H410KFDBR 17
1-1613134-3 H410KFYBR 17
1-1613134-5 H410KBZBR 17
1-1613141-0 H411K1BZBR 17
1-1613152-0 H412K7BZBR 17
1-1613165-0 H414K3BDBR 17
1-1613198-0 H41K0FYBR 17
1-1613198-2 H41K0DAAR 17
1-1613198-9 H41K02BDBR 17
1-1613200-0 H41K27BZBR 17
1-1613208-0 H41K78BZBR 17
1-1613214-0 H41M0CCBR 17
1-1613218-0 H41R0DCAR 17
1-1613222-1 H420KBZBR 17
1-1613225-0 H421KFYBR 17
1-1613225-1 H421KFDBR 17
1-1613250-0 H425K5BZBR 17

1-1613261-0 H42K05FDBR 17
1-1613269-0 H42K5BYBR 17
1-1613283-0 H4316RBZBR 17
1-1613284-0 H432K4BZBR 17
1-1613299-0 H4390KBCBR 17
1-1613299-1 H4390KFYBR 17
1-1613308-0 H43K24BZBR 17
1-1613329-0 H449R9BZBR 17
1-1613341-0 H44K0AYAR 17
1-1613341-1 H44K0FDBR 17
1-1613357-0 H451K1BZBR 17
1-1613369-0 H459K04FCBR 17
1-1613369-1 H459K05DYBR 17
1-1613369-2 H458KFDBR 17
1-1613377-0 H45K95BDBR 17
1-1613378-0 H45R1DZAR 17
1-1613388-0 H4634RBZBR 17
1-1613390-0 H4649RBZBR 17
1-1613395-0 H468K2BZBR 17
1-1613427-0 H484K5BZBR 17
1-1613430-0 H48K0FDBR 17
1-1613436-0 H490K9BZBR 17
1-1613439-0 H491RDZBR 17
1-1613444-0 H495K3BZBR 17
1-1613446-0 H497K6BZBR 17
1-1613454-0 H4P680RFCAR 17
1-1613454-1 H4P100RFCAR 17
1-1613454-2 H4P82RFCAR 17
1-1613454-3 H4P68RFCAR 17
1-1613454-4 H4P33RFCAR 17
1-1613454-5 H4P10RFCAR 17
1-1613454-6 H4P2K2FCAR 17
1-1613454-7 H4P220RFCAR 17
1-1613454-8 H4P1K02BDAR 17
1-1613454-9 H4P261RBDAR 17
1-1613470-0 H8100KBZBR 17
1-1613470-1 H8100KDCBR 17
1-1613470-2 H8100KDZBR 17
1-1613470-3 H8100KFAAR 17
1-1613470-4 H8100KFBAR 17
1-1613470-5 H8100KFCBR 17
1-1613470-7 H8100KFDBR 17
1-1613470-9 H8100KFYBR 17
1-1613471-0 H8100RDZBR 17
1-1613471-1 H8100RFAAR 17
1-1613471-2 H8100RFDBR 17
1-1613471-4 H8100RFYBR 17
1-1613471-5 H8100RFYDR 17
1-1613471-7 H8100RBAAR 17
1-1613486-0 H810KCCBR 17
1-1613486-1 H810KDBAR 17
1-1613486-2 H810KDCBR 17
1-1613486-3 H810KDDBR 17
1-1613486-4 H810KDYBR 17
1-1613486-5 H810KDZBR 17
1-1613486-6 H810KFAAR 17
1-1613486-7 H810KFBAR 17
1-1613486-8 H810KFCBR 17
1-1613486-9 H810KFDBR 17
1-1613490-0 H810RDZBR 17
1-1613506-0 H811KFYDR 17
1-1613506-1 H811KDCBR 17
1-1613506-2 H811KFDBR 17
1-1613529-0 H812KFYBR 17
1-1613529-1 H812KDCDR 17
1-1613529-2 H812KAYAR 17
1-1613555-0 H814K51BCBR 17
1-1613559-0 H8150KFAAR 17
1-1613559-1 H8150KFCBR 17
1-1613559-2 H8150KDZBR 17
1-1613559-3 H8150KFDBR 17
1-1613560-0 H8150RFYBR 17
1-1613560-1 H8150RDYBR 17
1-1613560-2 H8150RDCDR 17
1-1613568-0 H815K89BCBR 17
1-1613570-1 H815KFYBR 17
1-1613570-2 H815KFYDR 17
1-1613570-3 H815KDCBR 17
1-1613570-5 H815KDZBR 17
1-1613583-0 H816K77BYBR 17
1-1613603-0 H8180KFDBR 17
1-1613614-0 H818KBDDR 17
1-1613628-0 H819R1BDBR 17
1-1613634-0 H81K0DYBR 17
1-1613634-1 H81K0DZBR 17
1-1613634-2 H81K0FCBR 17
1-1613634-3 H81K0FDBR 17
1-1613634-5 H81K0FYBR 17
1-1613634-7 H81K0BDDR 17
1-1613634-8 H81K0BYDR 17
1-1613634-9 H81K0CDBR 17
1-1613646-1 H81K2CDBR 17

1-1613646-2 H81K2DYBR 17
1-1613659-0 H81K5FYBR 17
1-1613659-1 H81K5AYAR 17
1-1613659-2 H81K5BBAR 17
1-1613665-0 H81K72BDBR 17
1-1613676-0 H81M0FYBR 17
1-1613676-1 H81M0DBAR 17
1-1613676-3 H81M0DCBR 17
1-1613676-4 H81M0BYDR 17
1-1613676-5 H81M0CDBR 17
1-1613684-0 H8200KFYBR 17
1-1613684-1 H8200KDZBR 17
1-1613691-0 H820KDYBR 17
1-1613691-1 H820KFAAR 17
1-1613691-2 H820KFCBR 17
1-1613691-4 H820KFYBR 17
1-1613691-5 H820KBAAR 17
1-1613691-6 H820KDZBR 17
1-1613691-8 H820KCDBR 17
1-1613691-9 H820KFDBR 17
1-1613704-0 H8220KBDBR 17
1-1613705-0 H8220RDCDR 17
1-1613730-0 H823K9BCBR 17
1-1613740-0 H824K49BYBR 17
1-1613752-0 H825K2BYBR 17
1-1613759-0 H8262R78BDBR 17
1-1613783-0 H828K84BYBR 17
1-1613796-0 H82K0FDBR 17
1-1613796-2 H82K0FYBR 17
1-1613796-4 H82K0DCBR 17
1-1613796-5 H82K0BDBR 17
1-1613798-0 H82K18BYBR 17
1-1613802-0 H82K2FDBR 17
1-1613802-2 H82K2FYBR 17
1-1613802-3 H82K2FYDR 17
1-1613802-5 H82K2DZBR 17
1-1613802-6 H82K2DCDR 17
1-1613802-7 H82K2BDDR 17
1-1613802-8 H82K2DDBR 17
1-1613817-0 H82K7FYBR 17
1-1613829-0 H8300RBYDR 17
1-1613829-1 H8300RDZBR 17
1-1613829-2 H8300RFYBR 17
1-1613836-1 H830KFYBR 17
1-1613836-2 H830KFYDR 17
1-1613836-3 H830KDZBR 17
1-1613836-4 H830KCZBR 17
1-1613853-0 H8330RBDBR 17
1-1613858-0 H833KFDBR 17
1-1613858-1 H833KFYBR 17
1-1613858-3 H833KDZBR 17
1-1613858-4 H833KBYBR 17
1-1613869-0 H8350RBDBR 17
1-1613903-0 H839KFYBR 17
1-1613903-1 H839KCDBR 17
1-1613909-0 H83K0DZBR 17
1-1613909-1 H83K0BCBR 17
1-1613914-0 H83K32FDBR 17
1-1613916-0 H83K3FYBR 17
1-1613916-2 H83K3DZBR 17
1-1613916-3 H83K3CDBR 17
1-1613923-1 H83K6FYBR 17
1-1613923-2 H83K6FYDR 17
1-1613941-0 H8400KDCBR 17
1-1613947-0 H840RCDBR 17
1-1613952-0 H8422KDDBR 17
1-1613960-0 H843K6BCBR 17
1-1613973-0 H845R3BDBR 17
1-1613983-0 H8470RCDBR 17
1-1613983-1 H8470RBDBR 17
1-1613987-0 H847KFYBR 17
1-1614013-0 H84K7FYDR 17
1-1614013-2 H84K7DBAR 17
1-1614025-0 H8508RAYAR 17
1-1614054-0 H855RBCBR 17
1-1614056-0 H8560RDCDR 17
1-1614056-1 H8560RBDBR 17
1-1614075-0 H85K02BDBR 17
1-1614077-0 H85K1DBAR 17
1-1614077-1 H85K1DZBR 17
1-1614084-1 H85K6BDDR 17
1-1614084-2 H85K6FYDR 17
1-1614114-0 H862KBDBR 17
1-1614114-1 H862KCYBR 17
1-1614149-0 H86K1BDBR 17
1-1614158-0 H86K8FYBR 17
1-1614158-1 H86K8FYDR 17
1-1614158-3 H86K8BAAR 17
1-1614158-4 H86K8CDBR 17
1-1614173-0 H8732KFCBR 17
1-1614183-0 H875KFYBR 17
1-1614183-2 H875KDZBR 17

1-1614185-0 H8768RBYBR 17
1-1614185-1 H8768RBDBR 17
1-1614198-1 H87K56BYBR 17
1-1614204-0 H87R7DCBR 17
1-1614206-0 H8800RBCBR 17
1-1614206-1 H8800RCDBR 17
1-1614221-0 H8845KBDBR 17
1-1614225-0 H8860RDCBR 17
1-1614232-0 H8887KBDBR 17
1-1614270-0 H8953KDDBR 17
1-1614291-0 H89K1DCBR 17
1-1614293-0 H89K5CDBR 17
1-1614320-0 H8N96R3FZAR 17
1-1614349-0 RN73C1J10R2BTG 6
1-1614349-1 RN73C1J10R5BTG 6
1-1614349-2 RN73C1J10R7BTG 6
1-1614349-3 RN73C1J100KBTG 6
1-1614349-4 RN73C1J102KBTG 6
1-1614349-5 RN73C1J105KBTG 6
1-1614349-6 RN73C1J107KBTG 6
1-1614349-7 RN73C1J110KBTG 6
1-1614349-8 RN73C1J113KBTG 6
1-1614349-9 RN73C1J115KBTG 6
1-1614350-0 RN73C1J11KBTG 6
1-1614350-1 RN73C1J11R3BTG 6
1-1614350-2 RN73C1J11R5BTG 6
1-1614350-3 RN73C1J11R8BTG 6
1-1614350-4 RN73C1J11RBTG 6
1-1614350-5 RN73C1J121RBTG 6
1-1614350-6 RN73C1J124RBTG 6
1-1614350-7 RN73C1J127RBTG 6
1-1614350-8 RN73C1J12K1BTG 6
1-1614350-9 RN73C1J12K4BTG 6
1-1614351-0 RN73C1J1K37BTG 6
1-1614351-1 RN73C1J1K33BTG 6
1-1614351-2 RN73C1J1K27BTG 6
1-1614351-3 RN73C1J1K24BTG 6
1-1614351-4 RN73C1J1K21BTG 6
1-1614351-5 RN73C1J1K1BTG 6
1-1614351-6 RN73C1J1K18BTG 6
1-1614351-7 RN73C1J1K15BTG 6
1-1614351-8 RN73C1J1K13BTG 6
1-1614351-9 RN73C1J1K0BTG 6
1-1614352-0 RN73C1J21RBTG 6
1-1614352-1 RN73C1J221RBTG 6
1-1614352-2 RN73C1J226RBTG 6
1-1614352-3 RN73C1J22K1BTG 6
1-1614352-4 RN73C1J22K6BTG 6
1-1614352-5 RN73C1J22R1BTG 6
1-1614352-6 RN73C1J22R6BTG 6
1-1614352-7 RN73C1J232RBTG 6
1-1614352-8 RN73C1J237RBTG 6
1-1614352-9 RN73C1J23K2BTG 6
1-1614353-0 RN73C1J2K74BTG 6
1-1614353-1 RN73C1J2K87BTG 6
1-1614353-2 RN73C1J2K8BTG 6
1-1614353-3 RN73C1J2K94BTG 6
1-1614353-4 RN73C1J301RBTG 6
1-1614353-5 RN73C1J309RBTG 6
1-1614353-6 RN73C1J30K1BTG 6
1-1614353-7 RN73C1J30K9BTG 6
1-1614353-8 RN73C1J30R1BTG 6
1-1614353-9 RN73C1J30R9BTG 6
1-1614354-0 RN73C1J511RBTG 6
1-1614354-1 RN73C1J51R1BTG 6
1-1614354-2 RN73C1J523RBTG 6
1-1614354-3 RN73C1J52R3BTG 6
1-1614354-4 RN73C1J536RBTG 6
1-1614354-5 RN73C1J53R6BTG 6
1-1614354-6 RN73C1J549RBTG 6
1-1614354-7 RN73C1J54R9BTG 6
1-1614354-8 RN73C1J562RBTG 6
1-1614354-9 RN73C1J56R2BTG 6
1-1614422-0 RN73C2A178KBTDF 6
1-1614447-0 RN73C2A1K2BTDF 6
1-1614510-3 RN73C2A2K2BTD 6
1-1614530-2 RN73C2A330KBTD 6
1-1614532-5 RN73C2A33KBTD 6
1-1614610-0 RN73C2A56KBTD 6
1-1614630-0 RN73C2A62RBTD 6
1-1614722-0 CPF1206B10K7E1 10
1-1614770-0 BDS2A2501K0K 76
1-1614770-1 BDS2A2501M0K 76
1-1614770-2 BDS2A2501R0K 76
1-1614770-3 BDS2A25020RK 76
1-1614770-4 BDS2A250220RK 76
1-1614770-5 BDS2A25022RK 76
1-1614770-6 BDS2A25028R5K 76
1-1614770-7 BDS2A2502R0J 76
1-1614770-8 BDS2A2502R2K 76
1-1614770-9 BDS2A25033RK 76
1-1614782-0 BDS2A1002K2K 74
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1-1614782-1 BDS2A1002R2K 74
1-1614782-2 BDS2A10033RK 74
1-1614782-3 BDS2A1003R3K 74
1-1614782-4 BDS2A100470RK 74
1-1614782-5 BDS2A10047RK 74
1-1614782-6 BDS2A1004K7K 74
1-1614782-7 BDS2A1004R7K 74
1-1614782-8 BDS2A1005R0K 74
1-1614782-9 BDS2A100680RK 74
1-1614881-9 CPF0603B75KE 10
1-1614882-0 CPF0603B1K91E1 10
1-1614882-2 CPF0603D10RC 10
1-1614882-3 CPF0603D470RE 10
1-1614882-5 CPF0603D49R9C 10
1-1614890-0 CPF0805B120KE 10
1-1614901-0 CPF0805B196KE 10
1-1614905-0 CPF0805B205KE 10
1-1614907-0 CPF0805B215KE1 10
1-1614908-0 CPF0805B22K1E 10
1-1614910-0 CPF0805B22K1E1 10
1-1614910-5 CPF0805B23K2E 10
1-1614911-0 CPF0805B27KE 10
1-1614917-0 CPF0805B2K49E1 10
1-1614930-0 CPF0805B3K57E1 10
1-1614931-0 CPF0805B42K2E1 10
1-1614937-0 CPF0805B4K53E 10
1-1614937-5 CPF0805B4K7E 10
1-1614947-0 CPF0805B6K8E 10
1-1614948-0 CPF0805B75KE1 10
1-1614949-0 CPF0805B76K8E 10
1-1614949-1 CPF0805B7K87E 10
1-1614953-0 CPF0805B8K06E1 10
1-1614966-0 CPF1206B13K7E1 10
1-1614967-0 CPF1206B1M0E 10
1-1614969-0 CPF1206B30RE 10
1-1614970-0 CPF1206B3K48E1 10
1-1614971-0 CPF1206B51K1E1 10
1-1614972-0 CPF1206B6K8E 10
1-1614972-1 CPF1206B6K8E1 10
1-1614978-0 LR0204F10K5 136
1-1622171-0 LR0204F17K4 136
1-1622174-0 LR0204F187K 136
1-1622214-0 LR0204F30K1 136
1-1622219-0 LR0204F34K 136
1-1622241-0 LR0204F475K 136
1-1622258-0 LR0204F5K11 136
1-1622265-0 LR0204F634R 136
1-1622265-1 LR0204F63K4 136
1-1622297-0 LR1F102K 136
1-1622297-2 LR1F105K 136
1-1622297-5 LR1F107K 136
1-1622304-0 LR1F113K 136
1-1622304-1 LR1F115K 136
1-1622304-2 LR1F118K 136
1-1622318-0 LR1F140R 136
1-1622318-5 LR1F147K 136
1-1622328-0 LR1F162R 136
1-1622339-0 LR1F17K8 136
1-1622342-0 LR1F182K 136
1-1622342-1 LR1F182R 136
1-1622348-0 LR1F196K 136
1-1622359-0 LR1F1K58 136
1-1622369-0 LR1F1M47 136
1-1622370-0 LR1F1M74 136
1-1622370-1 LR1F1M78 136
1-1622370-2 LR1F1M87 136
1-1622370-3 LR1F1M91 136
1-1622370-4 LR1F1M96 136
1-1622383-0 LR1F210K 136
1-1622383-2 LR1F215K 136
1-1622392-0 LR1F22R1 136
1-1622406-0 LR1F274R 136
1-1622439-0 LR1F332R 136
1-1622451-0 LR1F37K4 136
1-1622459-0 LR1F3K09 136
1-1622480-0 LR1F44K2 136
1-1622481-0 LR1F45K3 136
1-1622506-0 LR1F499K 136
1-1622512-0 LR1F523R 136
1-1622513-0 LR1F53K6 136
1-1622542-0 LR1F665R 136
1-1622561-0 LR1F732R 136
1-1622582-0 LR1F84K5 136
1-1622582-1 LR1F866K 136
1-1622582-2 LR1F866R 136
1-1622588-0 LR1F909R 136
1-1622588-5 LR1F90K9 136
1-1622593-0 LR1F95K3 136
1-1622596-0 LR1F9K76 136
1-1622796-0 YR1B15KCC 21
1-1622796-1 YR1B16K2CC 21
1-1622796-2 YR1B19K6CC 21

1-1622796-3 YR1B1K37CC 21
1-1622796-4 YR1B1K82CC 21
1-1622796-5 YR1B200KCC 21
1-1622796-6 YR1B200RCC 21
1-1622796-7 YR1B210KCC 21
1-1622796-8 YR1B24KCC 21
1-1622796-9 YR1B27K4CC 21
1-1622799-0 SIL04M102J 152
1-1622799-1 SIL04M682J 152
1-1622800-0 SIL05E184J 152
1-1622800-1 SIL05E220G 152
1-1622800-2 SIL05E220J 152
1-1622800-3 SIL05E222J 152
1-1622800-4 SIL05E223J 152
1-1622800-5 SIL05E224J 152
1-1622800-6 SIL05E273J 152
1-1622800-7 SIL05E331J 152
1-1622800-8 SIL05E332J 152
1-1622800-9 SIL05E391J 152
1-1622801-0 SIL06E223J 152
1-1622801-1 SIL06E224G 152
1-1622801-2 SIL06E271J 152
1-1622801-3 SIL06E273J 152
1-1622801-4 SIL06E331G 152
1-1622801-5 SIL06E331J 152
1-1622801-6 SIL06E332G 152
1-1622801-7 SIL06E471J 152
1-1622801-8 SIL06E472G 152
1-1622801-9 SIL06E472J 152
1-1622802-0 SIL06M152J 152
1-1622802-1 SIL06M153J 152
1-1622802-2 SIL06M154G 152
1-1622802-3 SIL06M181J 152
1-1622802-4 SIL06M221J 152
1-1622802-5 SIL06M222J 152
1-1622802-6 SIL06M223G 152
1-1622802-7 SIL06M223J 152
1-1622802-8 SIL06M330G 152
1-1622802-9 SIL06M331J 152
1-1622803-0 SIL07E272J 152
1-1622803-1 SIL07E331J 152
1-1622803-2 SIL07E333J 152
1-1622803-3 SIL07E472J 152
1-1622803-4 SIL07E562J 152
1-1622803-5 SIL07E332J 152
1-1622804-0 SIL08E152J 152
1-1622804-1 SIL08E153G 152
1-1622804-2 SIL08E154G 152
1-1622804-3 SIL08E154J 152
1-1622804-4 SIL08E181J 152
1-1622804-5 SIL08E220G 152
1-1622804-6 SIL08E221G 152
1-1622804-7 SIL08E222G 152
1-1622804-8 SIL08E223G 152
1-1622804-9 SIL08E223J 152
1-1622805-0 SIL08M105J 152
1-1622805-1 SIL08M121J 152
1-1622805-2 SIL08M122J 152
1-1622805-3 SIL08M132G 152
1-1622805-4 SIL08M151G 152
1-1622805-5 SIL08M151J 152
1-1622805-6 SIL08M152J 152
1-1622805-7 SIL08M153J 152
1-1622805-8 SIL08M154G 152
1-1622805-9 SIL08M154J 152
1-1622806-0 SIL09E123J 152
1-1622806-1 SIL09E151J 152
1-1622806-2 SIL09E152G 152
1-1622806-3 SIL09E152J 152
1-1622806-4 SIL09E153G 152
1-1622806-5 SIL09E153J 152
1-1622806-6 SIL09E154J 152
1-1622806-7 SIL09E182J 152
1-1622806-8 SIL09E203J 152
1-1622806-9 SIL09E220G 152
1-1622807-0 SIL10E202G 152
1-1622807-1 SIL10E220G 152
1-1622807-2 SIL10E222G 152
1-1622807-3 SIL10E222J 152
1-1622807-4 SIL10E223G 152
1-1622807-5 SIL10E223J 152
1-1622807-6 SIL10E224G 152
1-1622807-7 SIL10E272G 152
1-1622807-8 SIL10E331G 152
1-1622807-9 SIL10E333G 152
1-1622808-0 SIL10M223J 152
1-1622808-1 SIL10M392G 152
1-1622808-2 SIL10M470G 152
1-1622808-3 SIL10M472J 152
1-1622808-4 SIL10M473J 152
1-1622808-5 SIL10M680G 152
1-1622808-6 SIL10M431J 152

1-1622810-0 SIL12E104J 152
1-1622819-0 MCNY48220J 134
1-1622819-1 MCNY48221J 134
1-1622819-2 MCNY48222J 134
1-1622819-3 MCNY48223J 134
1-1622819-4 MCNY48330J 134
1-1622819-5 MCNY48331J 134
1-1622819-6 MCNY48470J 134
1-1622819-7 MCNY48471J 134
1-1622819-8 MCNY48472J 134
1-1622819-9 MCNY48473J 134
1-1622820-0 352015RJT 132
1-1622820-1 3520180KJT 132
1-1622820-2 3520180RJT 132
1-1622820-3 352018RJT 132
1-1622820-4 35201K0JT 132
1-1622820-5 35201K2JT 132
1-1622820-6 35201K5JT 132
1-1622820-7 35201M0JT 132
1-1622820-8 35201R0JT 132
1-1622820-9 35201R2JT 132
1-1622821-5 CRL1220TR047FTD 33
1-1622824-0 RL73H2HR33GTE 32
1-1622824-1 RL73H3AR33FTE 32
1-1622824-3 RL73H2BR68FTD 32
1-1622824-4 RL73H3AR22FTE 32
1-1622824-5 RH73H3AR62FTE 133
1-1622824-6 RL73H3AR47FTE 32
1-1622824-7 RL73H2AR22FTD 32
1-1622824-8 RL73H2BR91FTD 32
1-1622824-9 RL73H2BR18FTD 32
1-1622825-1 RL73K3AR13GTE 32
1-1622825-3 RL73K3AR18GTE 32
1-1622825-5 RL73K3AR20GTE 32
1-1622825-7 RL73K3AR24JTE 32
1-1622826-0 CRG0402J150K 130
1-1622826-1 CRG0402J150R 130
1-1622826-2 CRG0402J15K 130
1-1622826-3 CRG0402J15R 130
1-1622826-4 CRG0402J180K 130
1-1622826-5 CRG0402J180R 130
1-1622826-6 CRG0402J18K 130
1-1622826-7 CRG0402J18R 130
1-1622826-8 CRG0402J1K0 130
1-1622826-9 CRG0402J1K2 130
1-1622828-0 CRG0603F102K 130
1-1622830-0 CRG0603F10K5 130
1-1622831-0 CRG0603F10R5 130
1-1622833-0 CRG0603F113K 130
1-1622834-0 CRG0603F11K3 130
1-1622835-0 CRG0603F11R5 130
1-1622837-0 CRG0603F121K 130
1-1622842-0 CRG0603F12R1 130
1-1622844-0 CRG0603F133K 130
1-1622845-0 CRG0603F13K3 130
1-1622846-0 CRG0603F140K 130
1-1622847-0 CRG0603F143K 130
1-1622848-0 CRG0603F147R 130
1-1622850-0 CRG0603F14K7 130
1-1622852-0 CRG0603F154K 130
1-1622853-0 CRG0603F15K4 130
1-1622854-0 CRG0603F15R4 130
1-1622856-0 CRG0603F162K 130
1-1622857-0 CRG0603F16K2 130
1-1622858-0 CRG0603F16R2 130
1-1622858-5 CRG0603F16R5 130
1-1622859-0 CRG0603F17K8 130
1-1622859-5 CRG0603F174K 130
1-1622861-0 CRG0603F182K 130
1-1622865-0 CRG0603F18R7 130
1-1622865-5 CRG0603F191K 130
1-1622868-0 CRG0603F1K13 130
1-1622869-0 CRG0603F1K21 130
1-1622870-0 CRG0603F1K33 130
1-1622871-0 CRG0603F1K43 130
1-1622872-0 CRG0603F1K54 130
1-1622874-0 CRG0603F1K65 130
1-1622876-0 CRG0603F1K82 130
1-1622880-0 CRG0603F205K 130
1-1622881-0 CRG0603F20K5 130
1-1622882-0 CRG0603F20R5 130
1-1622885-0 CRG0603F221R 130
1-1622887-0 CRG0603F22K6 130
1-1622889-0 CRG0603F22R6 130
1-1622890-0 CRG0603F23R7 130
1-1622892-0 CRG0603F243K 130
1-1622894-0 CRG0603F24K9 130
1-1622895-0 CRG0603F24R9 130
1-1622895-5 CRG0603F255R 130
1-1622897-0 CRG0603F274K 130
1-1622900-0 CRG0603F287K 130
1-1622900-5 CRG0603F287R 130

1-1622901-0 CRG0603F2K05 130
1-1622903-0 CRG0603F2K26 130
1-1622906-0 CRG0603F2K49 130
1-1622908-0 CRG0603F2K8 130
1-1622912-0 CRG0603F301K 130
1-1622916-0 CRG0603F316K 130
1-1622916-5 CRG0603F316R 130
1-1622918-0 CRG0603F332K 130
1-1622923-0 CRG0603F340R 130
1-1622924-0 CRG0603F34K8 130
1-1622926-0 CRG0603F365K 130
1-1622927-0 CRG0603F36K5 130
1-1622928-0 CRG0603F36R5 130
1-1622929-0 CRG0603F383K 130
1-1622931-0 CRG0603F392K 130
1-1622934-0 CRG0603F39R2 130
1-1622935-0 CRG0603F3K01 130
1-1622936-0 CRG0603F3K16 130
1-1622939-0 CRG0603F3K48 130
1-1622940-0 CRG0603F3K65 130
1-1622940-5 CRG0603F3K74 130
1-1622941-0 CRG0603F3M3 130
1-1622941-5 CRG0603F3M9 130
1-1622942-0 CRG0603F40K2 130
1-1622942-5 CRG0603F40R2 130
1-1622942-9 CRG0603F412K 130
1-1622944-0 CRG0603F432K 130
1-1622945-0 CRG0603F43K2 130
1-1622946-0 CRG0603F442K 130
1-1622946-5 CRG0603F442R 130
1-1622947-0 CRG0603F46K4 130
1-1622954-0 CRG0603F47R5 130
1-1622956-0 CRG0603F49R9 130
1-1622957-0 CRG0603F4K22 130
1-1622958-0 CRG0603F4K42 130
1-1622960-0 CRG0603F4K75 130
1-1622963-0 CRG0603F511K 130
1-1622967-0 CRG0603F536R 130
1-1622967-5 CRG0603F53K6 130
1-1622969-0 CRG0603F562K 130
1-1622970-0 CRG0603F56K2 130
1-1622971-0 CRG0603F576K 130
1-1622971-5 CRG0603F576R 130
1-1622974-0 CRG0603F5K36 130
1-1622976-0 CRG0603F5K9 130
1-1622977-0 CRG0603F604K 130
1-1622979-0 CRG0603F61R9 130
1-1622983-0 CRG0603F63K4 130
1-1622985-0 CRG0603F681K 130
1-1622988-0 CRG0603F68R1 130
1-1622989-0 CRG0603F698R 130
1-1622990-0 CRG0603F6K49 130
1-1622992-0 CRG0603F6K98 130
1-1622992-5 CRG0603F6M8 130
1-1622993-0 CRG0603F715K 130
1-1622997-0 CRG0603F76R8 130
1-1622997-5 CRG0603F787K 130
1-1622998-0 CRG0603F7K32 130
1-1623002-0 CRG0603F82K5 130
1-1623003-0 CRG0603F84K5 130
1-1623003-5 CRG0603F866R 130
1-1623005-0 CRG0603F8K66 130
1-1623006-0 CRG0603F909K 130
1-1623007-0 CRG0603F90K9 130
1-1623012-0 CRG0603F953R 130
1-1623012-5 CRG0603F95K3 130
1-1623014-0 CRG0603F9K53 130
1-1623025-0 CRG0603J12R 130
1-1623080-0 CRG0603J560R 130
1-1623080-5 CRG0603J56K 130
1-1623089-0 CRG0603J7M5 130
1-1623096-0 CRG0805F107K 130
1-1623103-0 CRG0805F118K 130
1-1623104-0 CRG0805F11K5 130
1-1623107-0 CRG0805F121K 130
1-1623107-5 CRG0805F127K 130
1-1623121-0 CRG0805F162R 130
1-1623148-0 CRG0805F205K 130
1-1623162-0 CRG0805F249R 130
1-1623181-0 CRG0805F2K87 130
1-1623186-0 CRG0805F2R2 130
1-1623186-2 CRG0805F2R7 130
1-1623216-0 CRG0805F3K74 130
1-1623229-0 CRG0805F45K3 130
1-1623235-0 CRG0805F487R 130
1-1623238-0 CRG0805F4K42 130
1-1623249-0 CRG0805F54K9 130
1-1623263-0 CRG0805F60K4 130
1-1623268-0 CRG0805F64K9 130
1-1623275-0 CRG0805F6K19 130
1-1623276-0 CRG0805F6K34 130
1-1623283-0 CRG0805F76K8 130
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1-1623291-0 CRG0805F845K 130
1-1623299-0 CRG0805F97K6 130
1-1623306-0 CRG0805J100K/10 130
1-1623307-0 CRG0805J100R/10 130
1-1623308-0 CRG0805J10K/10 130
1-1623314-0 CRG0805J12K/10 130
1-1623318-0 CRG0805J150K/10 130
1-1623320-0 CRG0805J15K/10 130
1-1623325-0 CRG0805J180R/10 130
1-1623326-0 CRG0805J18K/10 130
1-1623327-0 CRG0805J1K0/10 130
1-1623329-0 CRG0805J1K5/10 130
1-1623330-0 CRG0805J1K8/10 130
1-1623331-0 CRG0805J1M0/10 130
1-1623333-0 CRG0805J1M5/10 130
1-1623341-0 CRG0805J220K/10 130
1-1623342-0 CRG0805J220R/10 130
1-1623343-0 CRG0805J22K/10 130
1-1623347-0 CRG0805J270K/10 130
1-1623348-0 CRG0805J270R/10 130
1-1623349-0 CRG0805J27K/10 130
1-1623351-0 CRG0805J2K2/10 130
1-1623353-0 CRG0805J2K7/10 130
1-1623354-0 CRG0805J2M2/10 130
1-1623359-0 CRG0805J330R/10 130
1-1623360-0 CRG0805J33K/10 130
1-1623361-0 CRG0805J33R/10 130
1-1623362-0 CRG0805J36K 130
1-1623363-0 CRG0805J390K/10 130
1-1623365-0 CRG0805J39K/10 130
1-1623367-0 CRG0805J3K3/10 130
1-1623368-0 CRG0805J3K9/10 130
1-1623374-0 CRG0805J470K/10 130
1-1623375-0 CRG0805J470R/10 130
1-1623376-0 CRG0805J47K/10 130
1-1623377-0 CRG0805J47R/10 130
1-1623378-0 CRG0805J4K7/10 130
1-1623379-0 CRG0805J4M7/10 130
1-1623383-0 CRG0805J56K/10 130
1-1623385-0 CRG0805J5K6/10 130
1-1623388-0 CRG0805J680K/10 130
1-1623389-0 CRG0805J680R/10 130
1-1623391-0 CRG0805J6K8/10 130
1-1623395-0 CRG0805J820R/10 130
1-1623396-0 CRG0805J82K/10 130
1-1623397-0 CRG0805J8K2/10 130
1-1623401-0 CRG0805ZR/10 130
1-1623402-0 CRG1206F100K/10 130
1-1623403-0 CRG1206F102K 130
1-1623404-0 CRG1206F10K/10 130
1-1623409-0 CRG1206F11K 130
1-1623431-0 CRG1206F162K 130
1-1623434-0 CRG1206F178K 130
1-1623436-0 CRG1206F187K 130
1-1623440-0 CRG1206F1K0/10 130
1-1623444-0 CRG1206F1K47 130
1-1623450-0 CRG1206F1M0/10 130
1-1623461-0 CRG1206F22K/10 130
1-1623475-0 CRG1206F2K2/10 130
1-1623502-0 CRG1206F3K32 130
1-1623518-0 CRG1206F47K/10 130
1-1623521-0 CRG1206F49R9 130
1-1623525-0 CRG1206F4K7/10 130
1-1623634-0 CRG1206J2K4 130
1-1623694-0 CRG1210F1K4 130
1-1623696-0 CRG2512J1K8 130
1-1623696-1 CRG2512J1M0 130
1-1623696-2 CRG2512J1R0 130
1-1623696-3 CRG2512J1R2 130
1-1623696-4 CRG2512J1R5 130
1-1623696-5 CRG2512J1R8 130
1-1623696-6 CRG2512J220R 130
1-1623696-7 CRG2512J22K 130
1-1623696-8 CRG2512J22R 130
1-1623696-9 CRG2512J270R 130
1-1623703-0 CPG0603D1K54C 12
1-1623703-1 CPG0603D1K62C 12
1-1623703-2 CPG0603D442RC 12
1-1623703-3 CPG0603D6K81C 12
1-1623703-4 CPG0603D845RC 12
1-1623703-5 CPG0603D10KC 12
1-1623703-6 CPG0603D1K33C 12
1-1623703-7 CPG0603D1K3C 12
1-1623703-8 CPG0603F4K7C 12
1-1623703-9 CPG0603F100RC 12
1-1623704-0 CPG0805D36RC 12
1-1623704-1 CPG0805D5K23C 12
1-1623704-2 CPG0805D13RC 12
1-1623704-3 CPG0805D95R3C 12
1-1623704-4 CPG0805D249KC 12
1-1623704-5 CPG0805D133KC 12
1-1623704-6 CPG0805D1K58C 12

1-1623704-7 CPG0805F1K0C 12
1-1623704-8 CPG0805D357KC 12
1-1623705-0 CPG1206F68K1C 12
1-1623705-1 CPG1206F68R1C 12
1-1623705-2 CPG1206F10KC 12
1-1623705-3 CPG1206F3K16C 12
1-1623705-4 CPG1206F3K4C 12
1-1623705-5 CPG1206F750KC 12
1-1623705-6 CPG1206F2K74C 12
1-1623705-7 CPG1206F9K31C 12
1-1623705-8 CPG1206D180KC 12
1-1623705-9 CPG1206F39R2C 12
1-1623708-0 RGP0207CHJ68M 111
1-1623708-1 RGP0207CHJ82M 111
1-1623708-2 RGP0207CHK1G0 111
1-1623708-3 RGP0207CHJ3M3 111
1-1623708-4 RGP0207CHJ2M2 111
1-1623708-5 RGP0207CHJ56M 111
1-1623708-6 RGP0207CHJ300M 111
1-1623708-7 RGP0207CHJ510M 111
1-1623709-0 FCA2220RJ 50
1-1623709-1 FCA222RJ 50
1-1623709-2 FCA22K2J 50
1-1623709-3 FCA22K4J 50
1-1623709-4 FCA22K7J 50
1-1623709-5 FCA233RJ 50
1-1623709-6 FCA2390RJ 50
1-1623709-7 FCA2470RJ 50
1-1623709-8 FCA247RJ 50
1-1623709-9 FCA24K7J 50
1-1623710-0 FCA63K9J 50
1-1623710-1 FCA647RJ 50
1-1623710-2 FCA6560RK 50
1-1623710-3 FCA68K2J 50
1-1623712-0 FCB1047RK 50
1-1623712-1 FCB105K6J 50
1-1623712-2 FCB105R6K 50
1-1623712-3 FCB10820RK 50
1-1623712-4 FCB1027KJ 50
1-1623713-0 FCB222RJ 50
1-1623713-1 FCB222RK 50
1-1623713-2 FCB22K2J 50
1-1623713-3 FCB22R2J 50
1-1623713-4 FCB2330RJ 50
1-1623713-5 FCB2330RK 50
1-1623713-6 FCB2470RK 50
1-1623713-7 FCB247RJ 50
1-1623713-8 FCB24R7J 50
1-1623713-9 FCB2R22J 50
1-1623714-0 FCB41K5J 50
1-1623714-1 FCB41R0J 50
1-1623714-2 FCB4220RJ 50
1-1623714-3 FCB422RJ 50
1-1623714-4 FCB424RJ 50
1-1623714-5 FCB42K2J 50
1-1623714-6 FCB42K2K 50
1-1623714-7 FCB42R2J 50
1-1623714-8 FCB4330RJ 50
1-1623714-9 FCB4330RK 50
1-1623715-0 FCB6470RJ 50
1-1623715-1 FCB647RK 50
1-1623715-2 FCB6560RJ 50
1-1623715-3 FCB6820RJ 50
1-1623715-4 FCB633KJ 50
1-1623715-5 FCB62K2K 50
1-1623720-0 CCR247RKB 150
1-1623720-1 CCR24K7KB 150
1-1623720-2 CCR24R7KB 150
1-1623720-3 CCR233RKB 150
1-1623724-0 SBCH4680RJ 54
1-1623724-1 SBCH468RJ 54
1-1623724-2 SBCH4R10K 54
1-1623724-3 SBCH4R15K 54
1-1623724-4 SBCH4R22J 54
1-1623724-5 SBCH4R22K 54
1-1623724-6 SBCH48R2J 54
1-1623724-7 SBCH41K0J 54
1-1623724-8 SBCH447RJ 54
1-1623724-9 SBCH42R2J 54
1-1623728-0 SBCHE111R5K 54
1-1623728-1 SBCHE11220RJ 54
1-1623728-2 SBCHE1122KJ 54
1-1623728-3 SBCHE1122RJ 54
1-1623728-4 SBCHE112K2J 54
1-1623728-5 SBCHE112R2K 54
1-1623728-6 SBCHE11330RJ 54
1-1623728-7 SBCHE1133RJ 54
1-1623728-8 SBCHE113K3J 54
1-1623728-9 SBCHE113R3K 54
1-1623729-0 SBCHE151R5K 54
1-1623729-1 SBCHE15220RJ 54
1-1623729-2 SBCHE1522KJ 54

1-1623729-3 SBCHE1522RJ 54
1-1623729-4 SBCHE152K2J 54
1-1623729-5 SBCHE152R2K 54
1-1623729-6 SBCHE15330RJ 54
1-1623729-7 SBCHE1533RJ 54
1-1623729-8 SBCHE153K3J 54
1-1623729-9 SBCHE153R3K 54
1-1623730-0 SBCHE422RJ 54
1-1623730-1 SBCHE42K2J 54
1-1623730-2 SBCHE42R2J 54
1-1623730-3 SBCHE42R2K 54
1-1623730-4 SBCHE4330RJ 54
1-1623730-5 SBCHE433RJ 54
1-1623730-6 SBCHE43K3J 54
1-1623730-7 SBCHE43R3K 54
1-1623730-8 SBCHE4470RJ 54
1-1623730-9 SBCHE447RJ 54
1-1623732-0 SBCHE6180RJ 54
1-1623732-1 SBCHE618KJ 54
1-1623732-2 SBCHE618RJ 54
1-1623732-3 SBCHE61K0J 54
1-1623732-4 SBCHE61K2J 54
1-1623732-5 SBCHE61K5J 54
1-1623732-6 SBCHE61K8J 54
1-1623732-7 SBCHE61R0K 54
1-1623732-8 SBCHE61R2K 54
1-1623732-9 SBCHE61R5K 54
1-1623742-0 SBC4330RJ 54
1-1623742-1 SBC433RJ 54
1-1623742-2 SBC43K3J 54
1-1623742-3 SBC4470RJ 54
1-1623742-4 SBC447RJ 54
1-1623742-5 SBC44K7J 54
1-1623742-6 SBC44R7J 54
1-1623742-7 SBC468RJ 54
1-1623742-8 SBC46R8J 54
1-1623742-9 SBC4R10J 54
1-1623746-0 ER741K0JT 58
1-1623746-1 ER741K2JT 58
1-1623746-2 ER741K5JT 58
1-1623746-3 ER741R0JT 58
1-1623746-4 ER741R2JT 58
1-1623746-5 ER741R5JT 58
1-1623746-6 ER741R8JT 58
1-1623746-7 ER74220RJT 58
1-1623746-8 ER7422RJT 58
1-1623746-9 ER74240RJT 58
1-1623747-0 ER741K8JT 58
1-1623747-2 ER74220RFT 58
1-1623747-3 ER742R2FT 58
1-1623748-0 ER1647KJL 58
1-1623748-1 ER1647RJL 58
1-1623748-2 ER1656KGL 58
1-1623748-3 ER1656KJL 58
1-1623748-4 ER1666KJL 58
1-1623748-5 ER16680RJL 58
1-1623748-6 ER167R5JL 58
1-1623748-7 ER168K2GL 58
1-1623748-8 ER16R13JL 58
1-1623748-9 ER16R20JL 58
1-1623749-0 ER1727RJL 58
1-1623749-1 ER172K2JL 58
1-1623749-2 ER1733KJL 58
1-1623749-3 ER1739KJL 58
1-1623749-4 ER173R3JL 58
1-1623749-5 ER17470RJL 58
1-1623749-6 ER1747KJL 58
1-1623749-7 ER174K3JL 58
1-1623749-8 ER1750RJL 58
1-1623749-9 ER1768KJL 58
1-1623750-0 ER581K8JT 58
1-1623750-1 ER581R0JT 58
1-1623750-2 ER5820KDT 58
1-1623750-3 ER5820KJT 58
1-1623750-4 ER58220RJT 58
1-1623750-5 ER5822RJT 58
1-1623750-6 ER5824RJT 58
1-1623750-7 ER58270RJT 58
1-1623750-8 ER582K2JT 58
1-1623750-9 ER582R2JT 58
1-1623752-0 ERV58750RJ6P 58
1-1623752-1 ERV58R05J6P 58
1-1623752-2 ERV58250RF6P 58
1-1623771-1 C3A1K0JT 56
1-1623771-2 C3A1K2JT 56
1-1623771-3 C3A1K5GT 56
1-1623771-4 C3A1K8JT 56
1-1623771-5 C3A1R0JT 56
1-1623771-6 C3A1R5JT 56
1-1623771-7 C3A1R8JT 56
1-1623771-8 C3A20RJT 56
1-1623772-0 C7150RJT 56

1-1623772-1 C715KJT 56
1-1623772-2 C7180RJT 56
1-1623772-3 C718KJT 56
1-1623772-4 C71K0JT 56
1-1623772-5 C71K2JT 56
1-1623772-6 C71K8JT 56
1-1623772-7 C71R0GT 56
1-1623772-8 C71R0JT 56
1-1623772-9 C71R2JT 56
1-1623773-0 C1015RJL 56
1-1623773-1 C101K0JL 56
1-1623773-2 C101K5JL 56
1-1623773-3 C101R0JL 56
1-1623773-4 C101R5JL 56
1-1623773-5 C10220RJL 56
1-1623773-6 C1022KJL 56
1-1623773-7 C1022RJL 56
1-1623773-8 C102K2JL 56
1-1623773-9 C102R2JL 56
1-1623774-0 C14680RJL 56
1-1623774-1 C1482RJL 56
1-1623774-2 C14R12JL 56
1-1623774-3 C14100KJL 56
1-1623774-4 C14100RJL 56
1-1623774-5 C1410KJL 56
1-1623774-6 C1410RJL 56
1-1623774-7 C14150RJL 56
1-1623774-8 C1415KJL 56
1-1623774-9 C1415RJL 56
1-1623776-0 MPC52202J 72
1-1623776-1 MPC52203J 72
1-1623776-2 MPC522R0J 72
1-1623776-3 MPC52330J 72
1-1623776-4 MPC52333J 72
1-1623776-5 MPC52500J 72
1-1623776-6 MPC52501J 72
1-1623776-7 MPC52502J 72
1-1623776-8 MPC52503J 72
1-1623776-9 MPC525R0J 72
1-1623781-0 SQMR210KJ 51
1-1623782-0 SQMR5330RJ 51
1-1623782-1 SQMR533KJ 51
1-1623782-2 SQMR5470RJ 51
1-1623782-3 SQMR547KJ 51
1-1623782-4 SQMR54K7J 51
1-1623782-5 SQMR5680RJ 51
1-1623782-6 SQMR568KJ 51
1-1623782-7 SQMR56K8J 51
1-1623782-8 SQMR518KJ 51
1-1623782-9 SQMR53K3J 51
1-1623783-0 SQMR739KJ 51
1-1623783-1 SQMR73K3J 51
1-1623783-2 SQMR7470RJ 51
1-1623783-3 SQMR747KG 51
1-1623783-4 SQMR747KJ 51
1-1623783-5 SQMR74K7J 51
1-1623783-6 SQMR75K6J 51
1-1623783-7 SQMR7680RJ 51
1-1623783-8 SQMR76K8J 51
1-1623788-0 SQMW522RJ 51
1-1623788-1 SQMW527RJ 51
1-1623788-2 SQMW52R2J 51
1-1623788-3 SQMW533RJ 51
1-1623788-4 SQMW53R3J 51
1-1623788-5 SQMW547RJ 51
1-1623788-6 SQMW54R7J 51
1-1623788-7 SQMW568RJ 51
1-1623788-8 SQMW56R8J 51
1-1623788-9 SQMW582RJ 51
1-1623789-0 SQMW72R2G 51
1-1623789-1 SQMW72R2J 51
1-1623789-2 SQMW733RJ 51
1-1623789-3 SQMW739RJ 51
1-1623789-4 SQMW73R3J 51
1-1623789-5 SQMW747RJ 51
1-1623789-6 SQMW74R7J 51
1-1623789-7 SQMW75R6J 51
1-1623789-8 SQMW768RJ 51
1-1623789-9 SQMW76R8J 51
1-1623793-0 SQPR53K3J 51
1-1623793-1 SQPR5470RJ 51
1-1623793-2 SQPR547KJ 51
1-1623793-3 SQPR54K7J 51
1-1623793-4 SQPR5680RJ 51
1-1623793-5 SQPR5220RJ 51
1-1623793-6 SQPR533KJ 51
1-1623793-7 SQPR5270RJ 51
1-1623793-8 SQPR5330RK8 51
1-1623795-0 SQPW103R9J 51
1-1623795-1 SQPW10470RJ 51
1-1623795-2 SQPW1047RJ 51
1-1623795-3 SQPW104R7J 51
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1-1623795-4 SQPW105R6J 51
1-1623795-5 SQPW1068RJ 51
1-1623795-6 SQPW106R8J 51
1-1623795-7 SQPW107R5J 51
1-1623795-8 SQPW108R2J 51
1-1623795-9 SQPW10R10J 51
1-1623803-0 SQZR74K7J 51
1-1623807-0 SQZW5R10J 51
1-1623807-1 SQZW522RJ 51
1-1623807-2 SQZW5100RJ 51
1-1623807-3 SQZR5510RJ 51
1-1623808-0 SQZW715RJ 51
1-1623808-1 SQZW722RJ 51
1-1623808-2 SQZW72R2J 51
1-1623808-3 SQZW733RJ 51
1-1623808-4 SQZW747RJ 51
1-1623808-5 SQZW74R7J 51
1-1623808-6 SQZW768RJ 51
1-1623808-7 SQZW76R8J 51
1-1623808-8 SQZW7R33J 51
1-1623808-9 SQZW7R68J 51
1-1623809-0 MPR20C18RJ 80
1-1623809-1 MPR20C1K0J 80
1-1623809-2 MPR20C220RJ 80
1-1623809-3 MPR20C22RJ 80
1-1623809-4 MPR20C2K2J 80
1-1623809-5 MPR20C330RJ 80
1-1623809-6 MPR20C33KJ 80
1-1623809-7 MPR20C33RJ 80
1-1623809-8 MPR20C470RJ 80
1-1623809-9 MPR20C47RJ 80
1-1623819-0 SBL4R033F 34
1-1623819-1 SBL4R033J 34
1-1623819-2 SBL4R047J 34
1-1623819-3 SBL4R051F 34
1-1623819-4 SBL4R051J 34
1-1623819-5 SBL5R015J 34
1-1623819-6 SBL4R012J 34
1-1623831-0 470103K 198
1-1623831-1 470203K 198
1-1623831-2 470503K 198
1-1623831-3 470104K 198
1-1623831-4 470204K 198
1-1623831-5 470504K 198
1-1623831-6 470105K 198
1-1623836-0 4295P103K 208
1-1623836-1 4295P203K 208
1-1623836-2 4295P503K 208
1-1623836-3 4295P104K 208
1-1623836-4 4295P204K 208
1-1623836-5 4295P504K 208
1-1623836-6 4295P105K 208
1-1623836-7 4295P205K 208
1-1623837-0 4295M103K 208
1-1623837-1 4295M203K 208
1-1623837-2 4295M503K 208
1-1623837-3 4295M104K 208
1-1623837-4 4295M204K 208
1-1623837-5 4295M504K 208
1-1623837-6 4295M105K 208
1-1623837-7 4295M205K 208
1-1623838-0 4295X103K 208
1-1623838-1 4295X203K 208
1-1623838-2 4295X503K 208
1-1623838-3 4295X104K 208
1-1623838-4 4295X204K 208
1-1623838-5 4295X504K 208
1-1623838-6 4295X105K 208
1-1623838-7 4295X205K 208
1-1623839-0 4295L103K 208
1-1623839-1 4295L203K 208
1-1623839-2 4295L503K 208
1-1623839-3 4295L104K 208
1-1623839-4 4295L204K 208
1-1623839-5 4295L504K 208
1-1623839-6 4295L105K 208
1-1623839-7 4295L205K 208
1-1623840-0 4295X/H103K 208
1-1623840-1 4295X/H203K 208
1-1623840-2 4295X/H503K 208
1-1623840-3 4295X/H104K 208
1-1623840-4 4295X/H204K 208
1-1623840-5 4295X/H105K 208
1-1623840-6 4295X/H205K 208
1-1623840-7 4295X/H504K 208
1-1623841-0 4295MF504 208
1-1623848-0 4290P104K 214
1-1623848-1 4290P204K 214
1-1623848-2 4290P504K 214
1-1623848-3 4290P105K 214
1-1623849-0 4290W103K 214
1-1623849-1 4290W203K 214

1-1623849-2 4290W503K 214
1-1623849-3 4290W104K 214
1-1623849-4 4290W204K 214
1-1623849-5 4290W504K 214
1-1623849-6 4290W105K 214
1-1623849-7 4290W205K 214
1-1623850-0 4290X103K 214
1-1623850-1 4290X203K 214
1-1623850-2 4290X503K 214
1-1623850-3 4290X104K 214
1-1623850-4 4290X204K 214
1-1623850-5 4290X504K 214
1-1623850-6 4290X205K 214
1-1623850-7 4290X505K 214
1-1623850-8 4290X105K 214
1-1623851-0 4290Y103K 214
1-1623851-1 4290Y203K 214
1-1623851-2 4290Y503K 214
1-1623851-3 4290Y104K 214
1-1623851-4 4290Y204K 214
1-1623851-5 4290Y504K 214
1-1623851-6 4290Y105K 214
1-1623851-7 4290Y205K 214
1-1623851-8 4290Y505K 214
1-1623853-0 4265P204M 199
1-1623853-1 4265P501M 199
1-1623853-2 4265P502M 199
1-1623853-3 4265P503M 199
1-1623853-4 4265P504M 199
1-1623854-0 4265X502M 199
1-1623854-1 4265X503M 199
1-1623854-2 4265X504M 199
1-1623854-3 4265X105M 199
1-1623854-4 4265X201M 199
1-1623855-0 409HA204M 206
1-1623855-1 409HA302M 206
1-1623855-2 409HA501M 206
1-1623855-3 409HA502M 206
1-1623855-4 409HA503M 206
1-1623855-5 409HA504M 206
1-1623857-0 409HS503M 206
1-1623857-1 409HS504M 206
1-1623858-0 409VA501M 206
1-1623858-1 409VA502M 206
1-1623858-2 409VA503M 206
1-1623858-3 409VA204M 206
1-1623858-4 409VA504M 206
1-1623860-0 409VS503M 206
1-1623860-1 409VS504M 206
1-1623862-0 4270W503K 212
1-1623862-1 4270W104K 212
1-1623862-2 4270W504K 212
1-1623862-3 4270W105K 212
1-1623862-4 4270W100K 212
1-1623862-5 4270W204K 212
1-1623862-6 4270W500K 212
1-1623863-0 4270X105K 212
1-1623863-1 4270X100K 212
1-1623863-2 4270X200K 212
1-1623863-3 4270X500K 212
1-1623863-4 4270X101K 212
1-1623863-5 4270X204K 212
1-1623863-6 4270X504K 212
1-1623864-0 4270P201K 212
1-1623864-1 4270P501K 212
1-1623864-2 4270P104K 212
1-1623864-3 4270P204K 212
1-1623864-4 4270P504K 212
1-1623864-5 4270P100K 212
1-1623864-6 4270P200K 212
1-1623864-7 4270P500K 212
1-1623866-0 433PW103K 215
1-1623866-1 433PW203K 215
1-1623866-2 433PW503K 215
1-1623866-3 433PW104K 215
1-1623866-4 433PW204K 215
1-1623866-5 433PW504K 215
1-1623866-6 433PW105K 215
1-1623866-7 433PW205K 215
1-1623891-0 CT6H202N 192
1-1623891-1 CT6H203N 192
1-1623891-2 CT6H204N 192
1-1623891-3 CT6H501N 192
1-1623891-4 CT6H502N 192
1-1623891-5 CT6H503N 192
1-1623891-6 CT6H504N 192
1-1623891-7 CT6V102N 192
1-1623891-8 CT6V105N 192
1-1623891-9 CT6V202N 192
1-1623893-0 416MA501P 194
1-1623893-1 416MA502P 194
1-1623893-2 416MA503P 194

1-1623893-3 416MA204P 194
1-1623893-4 416MA504P 194
1-1623894-0 416PA204M 194
1-1623894-1 416PA501M 194
1-1623894-2 416PA502M 194
1-1623894-3 416PA503M 194
1-1623894-4 416PA504M 194
1-1623895-0 416XA105P 194
1-1623895-1 416XA203P 194
1-1623895-2 416XA204P 194
1-1623895-3 416XA504P 194
1-1623900-0 4275P204K 200
1-1623900-1 4275P501K 200
1-1623900-2 4275P503K 200
1-1623900-3 4275P504K 200
1-1623900-4 4275P205K 200
1-1623902-0 4275X503K 200
1-1623902-1 4275X202K 200
1-1623902-2 4275X203K 200
1-1623902-3 4275X504K 200
1-1623902-4 4275X205K 200
1-1623905-0 3315X500M 184
1-1623905-1 3315X501M 184
1-1623905-2 3315X502M 184
1-1623905-3 3315X503M 184
1-1623905-4 3315X504M 184
1-1623905-5 3315X200M 184
1-1623905-6 3315X204M 184
1-1623909-0 3204X501P 181
1-1623909-1 3204X502P 181
1-1623909-2 3204X503P 181
1-1623909-3 3204X504P 181
1-1623909-4 3204X101P 181
1-1623911-0 3270P101K 188
1-1623911-1 3270P104K 188
1-1623911-2 3270P200K 188
1-1623911-3 3270P201K 188
1-1623911-4 3270P500K 188
1-1623911-5 3270P502K 188
1-1623911-6 3270P503K 188
1-1623912-0 3270W104K 188
1-1623912-1 3270W200K 188
1-1623912-2 3270W203K 188
1-1623912-3 3270W204K 188
1-1623912-4 3270W500K 188
1-1623912-5 3270W502K 188
1-1623913-0 3150W502P 177
1-1623913-1 3150W503P 177
1-1623913-2 3150W504P 177
1-1623913-3 3150W105P 177
1-1623916-0 3203X502P 180
1-1623916-1 3203X503P 180
1-1623916-2 3203X504P 180
1-1623916-3 3203X201P 180
1-1623917-0 3103X504N 179
1-1623917-1 3103X501N 179
1-1623918-1 3165W501P 178
1-1623918-2 3165W502P 178
1-1623918-3 3165W503P 178
1-1623918-4 3165W504P 178
1-1623919-0 3135X502P 175
1-1623919-1 3135X503P 175
1-1623919-2 3135X504P 175
1-1623919-3 3135X201P 175
1-1623920-0 3142W204P 176
1-1623920-1 3142W205P 176
1-1623920-2 3142W501P 176
1-1623920-3 3142W502P 176
1-1623920-5 3142W503P 176
1-1623920-6 3142W504P 176
1-1623922-0 3130W503P 173
1-1623922-1 3130W504P 173
1-1623922-2 3130W101P 173
1-1623922-3 3130W105P 173
1-1623923-0 3240P105K 186
1-1623923-1 3240P200K 186
1-1623923-2 3240P201K 186
1-1623923-3 3240P204K 186
1-1623923-4 3240P205K 186
1-1623923-5 3240P500K 186
1-1623923-6 3240P503K 186
1-1623923-7 3240P504K 186
1-1623924-0 3240W501K 186
1-1623924-1 3240W502K 186
1-1623924-2 3240W503K 186
1-1623924-3 3240W100K 186
1-1623924-4 3240W200K 186
1-1623924-5 3240W500K 186
1-1623924-6 3240W504K 186
1-1623924-7 3240W205K 186
1-1623925-1 CFR100J15R 140
1-1623925-2 CFR100J180K 140

1-1623925-3 CFR100J180R 140
1-1623925-4 CFR100J18K 140
1-1623925-5 CFR100J1K0 140
1-1623925-6 CFR100J1K2 140
1-1623925-7 CFR100J1K5 140
1-1623925-8 CFR100J1K8 140
1-1623925-9 CFR100J1M0 140
1-1623927-0 CFR16J12R 140
1-1623927-1 CFR16J13K 140
1-1623927-2 CFR16J150K 140
1-1623927-3 CFR16J150R 140
1-1623927-4 CFR16J15K 140
1-1623927-5 CFR16J15R 140
1-1623927-7 CFR16J180K 140
1-1623927-8 CFR16J180R 140
1-1623928-0 CFR16J390K 140
1-1623928-1 CFR16J390R 140
1-1623928-2 CFR16J39K 140
1-1623928-3 CFR16J39R 140
1-1623928-5 CFR16J3K3 140
1-1623928-6 CFR16J3K9 140
1-1623928-7 CFR16J3M3 140
1-1623928-9 CFR16J3M9 140
1-1623929-0 CFR200J15K 140
1-1623929-1 CFR200J15R 140
1-1623929-2 CFR200J180K 140
1-1623929-3 CFR200J180R 140
1-1623929-4 CFR200J18K 140
1-1623929-5 CFR200J1K0 140
1-1623929-6 CFR200J1K5 140
1-1623929-8 CFR200J1M0 140
1-1623929-9 CFR200J1R0 140
1-1623930-0 CFR25J120R 140
1-1623930-1 CFR25J12K 140
1-1623930-2 CFR25J12R 140
1-1623930-3 CFR25J130K 140
1-1623930-4 CFR25J130R 140
1-1623930-5 CFR25J13K 140
1-1623930-6 CFR25J13R 140
1-1623930-7 CFR25J150K 140
1-1623930-8 CFR25J150R 140
1-1623931-0 CFR25J360K 140
1-1623931-1 CFR25J360R 140
1-1623931-3 CFR25J36K 140
1-1623931-4 CFR25J36R 140
1-1623931-5 CFR25J390K 140
1-1623931-6 CFR25J390R 140
1-1623931-8 CFR25J39K 140
1-1623931-9 CFR25J39R 140
1-1623932-0 CFR50J10M 140
1-1623932-1 CFR50J10R 140
1-1623932-2 CFR50J110R 140
1-1623932-3 CFR50J11K 140
1-1623932-4 CFR50J120K 140
1-1623932-6 CFR50J120R 140
1-1623932-7 CFR50J12K 140
1-1623933-1 CFR50J390K 140
1-1623933-2 CFR50J390R 140
1-1623933-3 CFR50J39K 140
1-1623933-4 CFR50J39K/S 140
1-1623933-5 CFR50J39R 140
1-1623933-6 CFR50J3K0 140
1-1623933-7 CFR50J3K3 140
1-1623933-8 CFR50J3K6 140
1-1623933-9 CFR50J3K9 140
1-1624191-0 51105A 226
1-1624191-1 51103B 226
1-1624191-2 51223B 226
1-1624191-3 51473B 226
1-1624191-4 51104B 226
1-1624191-5 51103C 226
1-1624191-9 51222A 226
1-1624192-0 53104A 226
1-1624192-1 53105A 226
1-1624192-2 53222A 226
1-1624192-3 53224A 226
1-1624192-4 53474A 226
1-1624192-6 53104C 226
1-1624192-7 53103C 226
1-1624200-0 RW1101KE 240
1-1624200-1 RW1102KC 240
1-1624200-2 RW1102KE 240
1-1624200-3 RW1103KC 240
1-1624200-4 RW1103KE 240
1-1624200-5 RW1202KC 240
1-1624200-6 RW1202KE 240
1-1624200-7 RW1251KC 240
1-1624200-8 RW1251KE 240
1-1624200-9 RW1252KC 240
1-1624227-0 54224A630PL 226
1-1624227-1 54474A630PL 226
1-1624227-2 54105A630PL 226
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1-1624227-3 54471A630PL 226
1-1624229-0 56224A630PL 226
1-1624229-1 56474A630PL 226
1-1624229-2 56105A630PL 226
1-1624229-3 56471A630PL 226
1-1624229-4 56222A630PL 226
1-1624231-1 PC610H501AP20LF 221
1-1624231-2 PC610H502AP15LF 221
1-1624231-3 PC610H502BC20LF 221
1-1624231-7 PC610V103AK30LF 221
1-1624235-0 ES3W33RJ 147
1-1624235-1 ES3W3R3J 147
1-1624235-2 ES3W47RJ 147
1-1624235-3 ES3W4R7J 147
1-1624235-4 ES3W8R2J 147
1-1624235-5 ES3WR05J 147
1-1624235-6 ES3WR07J 147
1-1624235-7 ES3WR10J 147
1-1624235-8 ES3WR22J 147
1-1624235-9 ES3WR33J 147
1-1624245-0 RSS2W15RJTB 146
1-1624245-1 RSS2W18RJTB 146
1-1624245-2 RSS2W1K5JTB 146
1-1624245-3 RSS2W1K0JTB 146
1-1624245-4 RSS2W220RJTB 146
1-1624245-5 RSS2W22KJTB 146
1-1624245-6 RSS2W22RJTB 146
1-1624245-7 RSS2W2K2JTB 146
1-1624245-8 RSS2W330RJTB 146
1-1624245-9 RSS2W33KJTB 146
1-1624246-0 RSS3180RJTB 146
1-1624246-1 RSS318KJTB 146
1-1624246-2 RSS318RJTB 146
1-1624246-3 RSS31K0JTB 146
1-1624246-4 RSS31K2JTB 146
1-1624246-5 RSS31K5JTB 146
1-1624246-6 RSS31K8JTB 146
1-1624246-7 RSS320KJTB 146
1-1624246-8 RSS3220RJTB 146
1-1624246-9 RSS322KJTB 146
1-1624247-0 RSS582KJTB 146
1-1624247-1 RSS510KJTB 146
1-1624273-0 SP1110RJ 48
1-1624273-1 SP1110RJT 48
1-1624276-0 SP117R8ET 48
1-1624282-0 SP1270RF 48
1-1624282-1 SP1270RFT 48
1-1624292-0 SP1R27F 48
1-1624292-1 SP1R27FT 48
1-1624294-0 SP1R649FT 48
1-1624301-0 SP2249RFT 48
1-1624317-0 SP322R1FT 48
1-1624320-0 SP356R2F 48
1-1624322-0 UPW25B120RV 23
1-1624322-1 UPW25B350RV 23
1-1624322-2 UPW25B142K8 23
1-1624323-0 UPW50B250RV 23
1-1624323-1 UPW50B2K0V 23
1-1624323-2 UPW50B350RV 23
1-1624323-3 UPW50B40KV 23
1-1624323-4 UPW50B500RV 23
1-1624323-5 UPW50B50KV 23
1-1624323-6 UPW50B50RV 23
1-1624323-7 UPW50B5K0V 23
1-1624323-8 UPW50F10KV 23
1-1624323-9 UPW50F5K0V 23
1-1624332-0 LT7339002B680RJTE 160
1-1624332-1 LT732B3K3JTE 160
1-1625826-0 TL2BR10FTE 26
1-1625826-1 TL2BR075FTE 26
1-1625826-2 TL2BR082FTE 26
1-1625827-3 TL3AR082FTDG 26
1-1625827-4 TL3AR10FTDG 26
1-1625827-5 TL3AR027FTDG 26
1-1625827-6 TL3AR039FTDG 26
1-1625827-7 TL3AR15FTDG 26
1-1625827-8 TL3AR33FTDG 26
1-1625827-9 TL3AR12FTDG 26
1-1625861-0 RH73W2A10GKTN 133
1-1625861-1 RH73W2A1G0MTD 133
1-1625861-2 RH73W2A100MMTN 133
1-1625868-0 RP73F2A2K74BTDF 8
1-1625868-1 RP73F2A301RBTDF 8
1-1625868-2 RP73F2A36K5BTDF 8
1-1625868-3 RP73F2A39K2BTDF 8
1-1625868-4 RP73F2A47K5BTDF 8
1-1625868-5 RP73F2A4K75BTDF 8
1-1625868-6 RP73F2A5K62BTDF 8
1-1625868-7 RP73F2A6K81BTDF 8
1-1625868-8 RP73F2A750RBTDF 8
1-1625868-9 RP73F2A8K25BTDF 8
1-1625870-0 RP73G1J30K1FTD 8

1-1625870-1 RP73G1J330KFTD 8
1-1625870-2 RP73G1J39K2FTD 8
1-1625870-3 RP73G1J470RFTD 8
1-1625870-4 RP73G1J47K5FTD 8
1-1625870-5 RP73G1J49K9FTD 8
1-1625870-6 RP73G1J4K42FTD 8
1-1625870-7 RP73G1J562RFTD 8
1-1625870-8 RP73G1J56K2FTD 8
1-1625870-9 RP73G1J68K1FTD 8
1-1625871-0 RP73G2A120RFTD 8
1-1625871-1 RP73G2A10RFTD 8
1-1625871-2 RP73G2A330RFTD 8
1-1625876-0 CBT50K220R 149
1-1625876-1 CBT50K270K 149
1-1625876-3 CBT50K2R2 149
1-1625876-4 CBT50K47R 149
1-1625876-5 CBT50K4M7 149
1-1625876-6 CBT50K680R 149
1-1625876-7 CBT50J1R0 149
1-1625876-8 CBT50J1K0 149
1-1625876-9 CBT50K2R7 149
1-1625878-0 FRN25J33R 124
1-1625878-1 FRN25J470R 124
1-1625878-2 FRN25J47R 124
1-1625878-3 FRN25J4R7 124
1-1625878-4 FRN25JR22 124
1-1625878-5 FRN25JR47 124
1-1625879-1 FRN50J47R/S 124
1-1625879-2 FRN50J4R7/S 124
1-1625879-3 FRN50J2K2/S 124
1-1625879-4 FRN50J150R/S 124
1-1625879-5 FRN50J750R/S 124
1-1625879-6 FRN50JR47/S 124
1-1625885-1 ROX1SJ100K 144
1-1625885-2 ROX1SJ100R 144
1-1625885-3 ROX1SJ10K 144
1-1625885-4 ROX1SJ10R 144
1-1625885-5 ROX1SJ120K 144
1-1625885-7 ROX1SJ120R 144
1-1625885-8 ROX1SJ12K 144
1-1625885-9 ROX1SJ12R 144
1-1625886-0 ROX1SJ39K 144
1-1625886-1 ROX1SJ39R 144
1-1625886-2 ROX1SJ3K3 144
1-1625886-3 ROX1SJ3K9 144
1-1625886-4 ROX1SJ3R3 144
1-1625886-5 ROX1SJ3R9 144
1-1625886-7 ROX1SJ470K 144
1-1625886-8 ROX1SJ470R 144
1-1625886-9 ROX1SJ47K 144
1-1625890-0 ROX2SJ12R 144
1-1625890-1 ROX2SJ150K 144
1-1625890-2 ROX2SJ150R 144
1-1625890-4 ROX2SJ15K 144
1-1625890-5 ROX2SJ15R 144
1-1625890-6 ROX2SJ180K 144
1-1625890-7 ROX2SJ180R 144
1-1625890-8 ROX2SJ18K 144
1-1625890-9 ROX2SJ18R 144
1-1625892-0 ROX3SJ10K 144
1-1625892-1 ROX3SJ10R 144
1-1625892-2 ROX3SJ12K 144
1-1625892-3 ROX3SJ12R 144
1-1625892-4 ROX3SJ150K 144
1-1625892-5 ROX3SJ150R 144
1-1625892-6 ROX3SJ15K 144
1-1625892-7 ROX3SJ15R 144
1-1625892-8 ROX3SJ180K 144
1-1625892-9 ROX3SJ180R 144
1-1625930-0 MC1-10K-10%-16MM-SL 239
1-1625930-2 MC1-47R-10%-20MM-PL 239
1-1625930-3 MC1-22K-10%-5/8"-FL 239
1-1625930-4 MC1-2K2-10%-1"-PL 239
1-1625930-5 MC1-47K-10%-25MM-PL 239
1-1625930-6 MC1-10K-10%-11/16"-PL 239
1-1625930-7 MC1-4K7-10%-1/2"-SL 239
1-1625930-9 MC1-10K-20%-25MM-PL 239
1-1625931-7 MCU-2K2-10%-5/8"-SL 239
1-1625931-8 MCU-4K7-10%-5/8"-SL 239
1-1625931-9 MCU-10K-10%-5/8"-SL 239
1-1625932-0 LC1-220K-20%-1 1/2"-SL 238
1-1625932-1 LC1-470R-20%-1 1/2"-SL 238
1-1625932-2 LC1-2K2-20%-16MM-PL 238
1-1625932-4 LC1-10K-20%-7/8"-PL 238
1-1625932-5 LC1-10K-10%-1 5/64"-PL 238
1-1625932-6 LC1-47K-10%-22MM-SL 238
1-1625932-7 LC1-2K2-20%-22MM-SL 238
1-1625932-8 LC1-5K-20%-7/16"-SL 238
1-1625932-9 LC1-4K7-10%-1 1/2"-SL 238
1-1625939-4 PC910-10K-20%-LIN 216
1-1625939-5 PC910-2K2-20%-LIN 216
1-1625939-6 PC910-1K-20%-LIN 216

1-1625939-7 PC910-100K-20%-LIN 216
1-1625939-8 PC910-220R-20%-LIN 216
1-1625939-9 PC910-47K-20%-LIN 216
1-1625947-0 HVR10D2M4F 116
1-1625947-1 HVR10D1M0J 116
1-1625947-2 HVR10D3M0J 116
1-1625951-0 HVR30B220KF 116
1-1625951-1 HVR30B240KF 116
1-1625951-2 HVR30B2K5F 116
1-1625951-3 HVR30B82KF 116
1-1625951-4 HVR30B8M4J 116
1-1625951-5 HVR30B500KF 116
1-1625951-6 HVR30B120KF 116
1-1625951-7 HVR30B82MF 116
1-1625953-0 HVR30D5M0K 116
1-1625953-1 HVR30D6M6K 116
1-1625953-2 HVR30D7M5K 116
1-1625953-3 HVR30D3M0J 116
1-1625957-0 HVR50D30MK 116
1-1625957-1 HVR50D350MK 116
1-1625957-2 HVR50D3M0J 116
1-1625957-3 HVR50D3M3J 116
1-1625957-4 HVR50D4MK 116
1-1625957-5 HVR50D500KK 116
1-1625957-6 HVR50D50MK 116
1-1625957-7 HVR50D5M0K 116
1-1625957-8 HVR50D620KJ 116
1-1625957-9 HVR50D750KK 116
1-1625958-0 HB115KFZRE 114
1-1625958-1 HB1160KFZRE 114
1-1625958-2 HB11G0FZRE 114
1-1625958-3 HB11G0GZAE 114
1-1625958-4 HB11M0FZAE 114
1-1625958-5 HB11M0FZRE 114
1-1625958-6 HB1200KFZRE 114
1-1625958-7 HB1200MFZRE 114
1-1625958-8 HB120MFZRE 114
1-1625958-9 HB120MGZRE 114
1-1625959-0 HB31M25JZRE 114
1-1625959-1 HB31M5FZRE 114
1-1625959-2 HB31M8JZAE 114
1-1625959-3 HB3200MJZAE 114
1-1625959-4 HB320MFZAE 114
1-1625959-5 HB320MFZRE 114
1-1625959-7 HB3250MFZRS 114
1-1625959-8 HB3250MJZRE 114
1-1625959-9 HB330MFZRE 114
1-1625960-0 HBA47MJZRE 114
1-1625960-1 HBA68MFZRE 114
1-1625960-2 HBA82MFZRE 114
1-1625963-0 HSA518RF 60
1-1625963-2 HSA51K5J 60
1-1625963-4 HSA51K8J 60
1-1625963-5 HSA51R0J 60
1-1625963-7 HSA51R5F 60
1-1625963-8 HSA5220RJ 60
1-1625963-9 HSA522RJ 60
1-1625966-0 HSA1015RJ 60
1-1625966-2 HSA1017RE 60
1-1625966-3 HSA1018RJ 60
1-1625966-5 HSA101R0F 60
1-1625966-6 HSA101R2J 60
1-1625966-7 HSA101R5J 60
1-1625966-8 HSA10200RJ 60
1-1625971-1 HSA25180RJ 60
1-1625971-3 HSA2518RJ 60
1-1625971-4 HSA251K0J 60
1-1625971-5 HSA251K2J 60
1-1625971-6 HSA251K5J 60
1-1625971-7 HSA251K8E 60
1-1625971-8 HSA251R0J 60
1-1625971-9 HSA251R1F 60
1-1625973-0 KHSA2562RJ 118
1-1625973-1 NHSA2512RJ 60
1-1625973-2 KHSA251K8J 118
1-1625973-3 KHSA2582RJ 118
1-1625984-0 HSA50150RJ 60
1-1625984-1 HSA5015RJ 60
1-1625984-2 HSA5016RJ 60
1-1625984-3 HSA50180RJ 60
1-1625984-4 HSA5018RJ 60
1-1625984-6 HSA501K0F 60
1-1625984-7 HSA501K0J 60
1-1625984-8 HSA501K2J 60
1-1625984-9 HSA501K5J 60
1-1625985-0 NHSA501K0F 60
1-1625985-1 NHSA501R74F 60
1-1625985-2 NHSA5020RJ 60
1-1625985-3 NHSA50211RF 60
1-1625985-4 NHSA5022RJ 60
1-1625985-5 NHSA50256RF 60
1-1625985-6 NHSA502R0F 60

1-1625985-7 NHSA5030RJ 60
1-1625985-8 NHSA5032RF 60
1-1625985-9 NHSA5039RK 60
1-1625986-0 KHSA50R51J 118
1-1625986-1 KHSA503R0J 118
1-1625986-2 KHSA5050RF 118
1-1625986-3 KHSA501RJ 118
1-1625986-4 KHSA504R7J 118
1-1625995-0 HSC751KJ 60
1-1625995-1 HSC755K7J 60
1-1625999-0 HSC1001K0J 60
1-1625999-1 HSC1001K2J 60
1-1625999-2 HSC1001K5J 60
1-1625999-3 HSC1001K75F 60
1-1625999-4 HSC1001R0J 60
1-1625999-5 HSC1001R5J 60
1-1625999-6 HSC10020RF 60
1-1625999-7 HSC10020RJ 60
1-1625999-8 HSC100220RJ 60
1-1625999-9 HSC10022KJ 60
1-1630001-0 NHSC1001RJ 60
1-1630001-1 NHSC100100RJ 60
1-1630012-0 HSC1503K3J 60
1-1630012-1 HSC1504R0G 60
1-1630012-2 HSC1505R0J 60
1-1630012-3 HSC1506R8J 60
1-1630012-4 HSC15033RJ 60
1-1630012-5 HSC15018KJ 60
1-1630012-6 HSC150240RJ 60
1-1630012-7 HSC15056RJ 60
1-1630012-8 HSC1501R2J 60
1-1630012-9 HSC1502R2J 60
1-1630019-0 HSC2001R0J 60
1-1630019-1 HSC20020KJ 60
1-1630019-2 HSC200220RJ 60
1-1630019-3 HSC20022RJ 60
1-1630019-4 HSC2002K4J 60
1-1630019-5 HSC2002R0J 60
1-1630019-6 HSC2002R2J 60
1-1630019-7 HSC200330RJ 60
1-1630019-8 HSC2003K3J 60
1-1630019-9 HSC2003R3J 60
1-1630024-1 HSC25011RF 60
1-1630024-2 HSC2508R0J 60
1-1630024-3 HSC250R33J 60
1-1630024-4 HSC25011RJ 60
1-1630024-5 HSC25018KJ 60
1-1630024-6 HSC25010KJ 60
1-1630024-7 HSC25027RJ 60
1-1630024-8 HSC250390RJ 60
1-1630024-9 HSC25047RJ 60
1-1630027-0 HSC3002R4J 60
1-1630027-1 HSC300330RJ 60
1-1630027-2 HSC30033RJ 60
1-1630027-3 HSC30039RJ 60
1-1630027-4 HSC3003R9J 60
1-1630027-5 HSC30047RJ 60
1-1630027-6 HSC3004K7J 60
1-1630027-7 HSC3004R7J 60
1-1630027-8 HSC300680RJ 60
1-1630027-9 HSC3006R0J 60
1-1630186-2 HSA501R21F 60
1-1630186-3 HSA50R50J 60
1-1630186-5 HSA502K21F 60
1-1630186-6 HSA501R5F 60
1-1630186-7 HSA5033R2F 60
1-1630186-8 HSA5027KJ 60
1-1630186-9 HSA504R0J 60
1-1630477-0 H4P75KFZAR 17
1-1630477-1 H4P75RFZAR 17
1-1630477-2 H4P7K5FZAR 17
1-1630477-3 H4P820KFZAR 17
1-1630477-4 H4P820RFZAR 17
1-1630477-5 H4P82KFZAR 17
1-1630477-6 H4P82RFZAR 17
1-1630477-7 H4P8K2FZAR 17
1-1630477-8 H4P8R25FZAR 17
1-1630477-9 H4P910KFZAR 17
1-1630478-0 CB10LH224M 202
1-1630478-1 CB10LH225N 202
1-1630478-2 CB10LH471M 202
1-1630478-3 CB10LH472M 202
1-1630478-4 CB10LH473M 202
1-1630478-5 CB10LH474M 202
1-1630478-6 CB10LH475N 202
1-1630479-0 CB10MH105ME 202
1-1630479-1 CB10MH221M 202
1-1630479-2 CB10MH221ME 202
1-1630479-3 CB10MH222M 202
1-1630479-4 CB10MH222ME 202
1-1630479-5 CB10MH223M 202
1-1630479-6 CB10MH223ME 202
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1-1630479-7 CB10MH224M 202
1-1630479-8 CB10MH224ME 202
1-1630479-9 CB10MH225N 202
1-1630480-0 CB10LV224M 202
1-1630480-1 CB10LV225N 202
1-1630480-2 CB10LV252M 202
1-1630480-3 CB10LV471M 202
1-1630480-4 CB10LV472M 202
1-1630480-5 CB10LV473M 202
1-1630480-6 CB10LV474M 202
1-1630480-7 CB10LV475N 202
1-1630480-8 CB10LV103K 202
1-1630481-0 CB10MV105ME 202
1-1630481-1 CB10MV221M 202
1-1630481-2 CB10MV221ME 202
1-1630481-3 CB10MV222M 202
1-1630481-4 CB10MV222ME 202
1-1630481-5 CB10MV223M 202
1-1630481-6 CB10MV223ME 202
1-1630481-7 CB10MV224M 202
1-1630481-8 CB10MV224ME 202
1-1630481-9 CB10MV225N 202
1-1630482-0 CM10LH224M 204
1-1630482-1 CM10LH225N 204
1-1630482-2 CM10LH471M 204
1-1630482-3 CM10LH472M 204
1-1630482-4 CM10LH473M 204
1-1630482-5 CM10LH474M 204
1-1630482-6 CM10LH475N 204
1-1630482-7 CM10MH203M 204
1-1630483-0 CM10LV224M 204
1-1630483-1 CM10LV225N 204
1-1630483-2 CM10LV471M 204
1-1630483-3 CM10LV472M 204
1-1630483-4 CM10LV473M 204
1-1630483-5 CM10LV474M 204
1-1630483-6 CM10LV475N 204
1-1630483-7 CM10MV203M 204
1-1630483-8 CM10MV103M 204
1-1676003-0 CP16DH10IP6474B 224
1-1676003-1 CP16SH10IP06101 224
1-1676003-2 CP16SH10IP06102 224
1-1676003-3 CP16SH10IP06103 224
1-1676003-4 CP16SH10IP06104 224
1-1676003-5 CP16SH10IP06105 224
1-1676003-6 CP16SH10IP06223 224
1-1676003-7 CP16SH10IP06224 224
1-1676003-8 CP16SH10IP06472 224
1-1676003-9 CP16SH10IP06473 224
1-1676480-0 CRG0402F130K 130
1-1676480-1 CRG0402F130R 130
1-1676480-2 CRG0402F13K 130
1-1676480-3 CRG0402F150K 130
1-1676480-4 CRG0402F150R 130
1-1676480-5 CRG0402F15K 130
1-1676480-6 CRG0402F160K 130
1-1676480-7 CRG0402F160R 130
1-1676480-8 CRG0402F16K 130
1-1676480-9 CRG0402F180K 130
1-1676625-0 HSA2525KJ 60
1-1676625-1 HSA252K7J 60
1-1676625-2 HSA2568RE 60
1-1676625-3 HSA25150RE 60
1-1676625-4 HSA25220RE 60
1-1676625-5 HSA25470RE 60
1-1676625-6 HSA2510RF 60
1-1676625-7 HSA2515RF 60
1-1676625-8 HSA25R47F 60
1-1676625-9 HSA252K5J 60
1-1676845-0 H4P200RFCAR 17
1-1676845-1 H4P20KFCAR 17
1-1676845-2 H4P220KFCAR 17
1-1676845-3 H4P221RFCAR 17
1-1676845-4 H4P249RFCAR 17
1-1676845-5 H4P24R9FCAR 17
1-1676845-6 H4P25KFCAR 17
1-1676845-7 H4P270RFCAR 17
1-1676845-8 H4P27KFCAR 17
1-1676845-9 H4P2K0FCAR 17
1-1676913-0 YR1B1K27CC 21
1-1676913-1 YR1B1K3CC 21
1-1676913-2 YR1B1K43CC 21
1-1676913-3 YR1B1K47CC 21
1-1676913-4 YR1B1K4CC 21
1-1676913-5 YR1B1K54CC 21
1-1676913-6 YR1B1K58CC 21
1-1676913-7 YR1B1K5CC 21
1-1676913-8 YR1B1K62CC 21
1-1676913-9 YR1B1K65CC 21
1-1676914-0 YR1B38K3CC 21
1-1676914-1 YR1B392KCC 21
1-1676914-2 YR1B392RCC 21

1-1676914-3 YR1B39K2CC 21
1-1676914-4 YR1B3K09CC 21
1-1676914-5 YR1B3K16CC 21
1-1676914-6 YR1B3K24CC 21
1-1676914-7 YR1B3K48CC 21
1-1676914-8 YR1B3K4CC 21
1-1676914-9 YR1B3K57CC 21
1-1676915-0 YR1B750RCC 21
1-1676915-1 YR1B75KCC 21
1-1676915-2 YR1B75RCC 21
1-1676915-3 YR1B768RCC 21
1-1676915-4 YR1B76K8CC 21
1-1676915-5 YR1B787RCC 21
1-1676915-6 YR1B78K7CC 21
1-1676915-7 YR1B78R7CC 21
1-1676915-8 YR1B7K15CC 21
1-1676915-9 YR1B7K32CC 21
1-1676966-1 SMW2R27JT 45
1-1676966-3 SMW2R33JT 45
1-1676966-5 SMW2R39JT 45
1-1676966-7 SMW2R47JT 45
1-1676966-9 SMW2R56JT 45
1-1676970-5 RN73C1J60K4BTG 6
1-1676970-6 RN73C1J61K9BTG 6
1-1676970-7 RN73C1J63K4BTG 6
1-1676970-8 RN73C1J64K9BTG 6
1-1676970-9 RN73C1J66K5BTG 6
1-1676971-0 RN73C2A191KBTG 6
1-1676971-1 RN73C2A196KBTG 6
1-1676971-2 RN73C2A200KBTG 6
1-1676971-3 RN73C2A205KBTG 6
1-1676971-4 RN73C2A210KBTG 6
1-1676971-5 RN73C2A215KBTG 6
1-1676971-6 RN73C2A221KBTG 6
1-1676971-7 RN73C2A226KBTG 6
1-1676971-8 RN73C2A232KBTG 6
1-1676971-9 RN73C2A237KBTG 6
1-1676979-0 TW1501KA 241
1-1676979-1 TW1502KA 241
1-1879011-1 SMF2560RJT 45
1-1879011-3 SMF2680RJT 45
1-1879011-5 SMF2820RJT 45
1-1879011-7 SMF21K0JT 45
1-1879011-9 SMF21K2JT 45
1-1879021-1 SMW3R27JT 45
1-1879021-3 SMW3R33JT 45
1-1879021-5 SMW3R39JT 45
1-1879021-7 SMW3R47JT 45
1-1879021-9 SMW3R56JT 45
1-1879022-1 SMF3820RJT 45
1-1879022-3 SMF31K0JT 45
1-1879022-5 SMF31K2JT 45
1-1879022-7 SMF31K5JT 45
1-1879022-9 SMF31K8JT 45
1-1879026-0 YR1B12R4CC 21
1-1879026-1 YR1B12R7CC 21
1-1879026-2 YR1B13R3CC 21
1-1879026-3 YR1B13R7CC 21
1-1879026-4 YR1B13RCC 21
1-1879026-5 YR1B143RCC 21
1-1879026-6 YR1B14R3CC 21
1-1879026-7 YR1B14R7CC 21
1-1879026-8 YR1B14RCC 21
1-1879026-9 YR1B15R4CC 21
1-1879027-0 YR1B60R4CC 21
1-1879027-1 YR1B634KCC 21
1-1879027-2 YR1B63R4CC 21
1-1879027-3 YR1B649KCC 21
1-1879027-4 YR1B665KCC 21
1-1879027-5 YR1B698KCC 21
1-1879027-6 YR1B69R8CC 21
1-1879027-7 YR1B715KCC 21
1-1879027-8 YR1B732KCC 21
1-1879027-9 YR1B73R2CC 21
1-1879028-0 RN73C2A357KBTG 6
1-1879028-1 RN73C2A365KBTG 6
1-1879028-2 RN73C2A374KBTG 6
1-1879028-3 RN73C2A383KBTG 6
1-1879028-4 RN73C2A392KBTG 6
1-1879028-5 RN73C2A402KBTG 6
1-1879028-6 RN73C2A412KBTG 6
1-1879028-7 RN73C2A422KBTG 6
1-1879028-8 RN73C2A432KBTG 6
1-1879028-9 RN73C2A442KBTG 6
1-1879029-0 3213X501M 183
1-1879029-1 3213X502M 183
1-1879029-2 3213X503M 183
1-1879029-3 3213X504M 183
1-1879032-0 H4P180RFCAR 17
1-1879032-1 H4P18RFCAR 17
1-1879032-2 H4P1K1FCAR 17
1-1879032-3 H4P1K21FCAR 17

1-1879032-4 H4P200KFCAR 17
1-1879032-5 H4P221KFCAR 17
1-1879032-6 H4P22K1FCAR 17
1-1879032-7 H4P22R1FCAR 17
1-1879032-8 H4P240KFCAR 17
1-1879032-9 H4P249KFCAR 17
2-1613128-0 H4102RBZBR 17
2-1613198-0 H41K02BZBR 17
2-1613326-0 H443RDZBR 17
2-1613427-0 H486K6BZBR 17
2-1613436-0 H490KFDBR 17
2-1613454-0 H4P100KFZAR 17
2-1613454-1 H4P100RFZAR 17
2-1613454-2 H4P10KFZAR 17
2-1613454-3 H4P10RFZAR 17
2-1613454-4 H4P120KFZAR 17
2-1613454-5 H4P120RFZAR 17
2-1613454-6 H4P12KFZAR 17
2-1613454-7 H4P12RFZAR 17
2-1613454-8 H4P150KFZAR 17
2-1613454-9 H4P150RFZAR 17
2-1613470-0 H8100KBDDR 17
2-1613470-2 H8100KCDBR 17
2-1613470-3 H8100KDDBR 17
2-1613470-4 H8100KDYBR 17
2-1613486-1 H810KFYBR 17
2-1613486-2 H810KFYDR 17
2-1613486-4 H810KBZBR 17
2-1613486-5 H810KCDBR 17
2-1613486-6 H810KBBAR 17
2-1613634-1 H81K0DDBR 17
2-1613634-2 H81K0BAAR 17
2-1613958-0 H8432KBYBR 17
2-1613993-0 H848R7BDAR 17
2-1614203-0 H87R5BYAR 17
2-1614295-0 H89K86AYBR 17
2-1614349-0 RN73C1J118KBTG 6
2-1614349-1 RN73C1J121KBTG 6
2-1614349-2 RN73C1J124KBTG 6
2-1614349-3 RN73C1J127KBTG 6
2-1614349-4 RN73C1J130KBTG 6
2-1614349-5 RN73C1J133KBTG 6
2-1614349-6 RN73C1J137KBTG 6
2-1614349-7 RN73C1J140KBTG 6
2-1614349-8 RN73C1J143KBTG 6
2-1614349-9 RN73C1J147KBTG 6
2-1614350-0 RN73C1J15KBTD 6
2-1614350-1 RN73C1J12K7BTG 6
2-1614350-2 RN73C1J12R1BTG 6
2-1614350-3 RN73C1J12R4BTG 6
2-1614350-4 RN73C1J12R7BTG 6
2-1614350-5 RN73C1J130RBTG 6
2-1614350-6 RN73C1J133RBTG 6
2-1614350-7 RN73C1J137RBTG 6
2-1614350-8 RN73C1J13K3BTG 6
2-1614350-9 RN73C1J13K7BTG 6
2-1614351-0 RN73C1J1K07BTG 6
2-1614351-1 RN73C1J1K05BTG 6
2-1614351-2 RN73C1J1K65BTG 6
2-1614351-3 RN73C1J1K69BTG 6
2-1614351-4 RN73C1J1K74BTG 6
2-1614351-5 RN73C1J1K78BTG 6
2-1614351-6 RN73C1J1K82BTG 6
2-1614351-7 RN73C1J1K87BTG 6
2-1614351-8 RN73C1J1K91BTG 6
2-1614351-9 RN73C1J1K96BTG 6
2-1614352-0 RN73C1J23K7BTG 6
2-1614352-1 RN73C1J23R2BTG 6
2-1614352-2 RN73C1J23R7BTG 6
2-1614352-3 RN73C1J243RBTG 6
2-1614352-4 RN73C1J249RBTG 6
2-1614352-5 RN73C1J24K3BTG 6
2-1614352-6 RN73C1J24K9BTG 6
2-1614352-7 RN73C1J24R3BTG 6
2-1614352-8 RN73C1J24R9BTG 6
2-1614352-9 RN73C1J255RBTG 6
2-1614353-0 RN73C1J316RBTG 6
2-1614353-1 RN73C1J31K6BTG 6
2-1614353-2 RN73C1J31R6BTG 6
2-1614353-3 RN73C1J324RBTG 6
2-1614353-4 RN73C1J32K4BTG 6
2-1614353-5 RN73C1J32R4BTG 6
2-1614353-6 RN73C1J332RBTG 6
2-1614353-7 RN73C1J33K2BTG 6
2-1614353-8 RN73C1J33R2BTG 6
2-1614353-9 RN73C1J340RBTG 6
2-1614354-0 RN73C1J576RBTG 6
2-1614354-1 RN73C1J57R6BTG 6
2-1614354-2 RN73C1J590RBTG 6
2-1614354-3 RN73C1J59RBTG 6
2-1614354-4 RN73C1J5K11BTG 6
2-1614354-5 RN73C1J5K23BTG 6

2-1614354-6 RN73C1J5K36BTG 6
2-1614354-7 RN73C1J5K49BTG 6
2-1614354-8 RN73C1J5K62BTG 6
2-1614354-9 RN73C1J5K76BTG 6
2-1614770-0 BDS2A250390RK 76
2-1614770-1 BDS2A2503K3K 76
2-1614770-2 BDS2A2503R3K 76
2-1614770-3 BDS2A2503R43G 76
2-1614770-4 BDS2A2503R43K 76
2-1614770-5 BDS2A25043RF 76
2-1614770-6 BDS2A250440RK 76
2-1614770-7 BDS2A25044KJ 76
2-1614770-8 BDS2A25044RK 76
2-1614770-9 BDS2A250470RK 76
2-1614782-0 BDS2A10068RK 74
2-1614782-1 BDS2A1006K8K 74
2-1614782-2 BDS2A1006R8K 74
2-1614782-3 BDS2A100330RK 74
2-1614782-4 BDS2A1005R0J 74
2-1614782-5 BDS2A10080RK 74
2-1614881-0 CPF0603B8K25E 10
2-1614882-0 CPF0603B4K7EE 10
2-1614966-0 CPF1206B14K7E 10
2-1614971-0 CPF1206B5K6E 10
2-1622207-0 LR0204F294K 136
2-1622253-0 LR0204F52K3 136
2-1622265-0 LR0204F66K5 136
2-1622348-0 LR1F19K1 136
2-1622348-2 LR1F19K6 136
2-1622582-0 LR1F86K6 136
2-1622582-1 LR1F887K 136
2-1622582-2 LR1F887R 136
2-1622582-3 LR1F88K7 136
2-1622596-0 LR1F9M1 136
2-1622796-0 YR1B2K37CC 21
2-1622796-1 YR1B2K43CC 21
2-1622796-2 YR1B30K1CC 21
2-1622796-3 YR1B332RCC 21
2-1622796-4 YR1B365RCC 21
2-1622796-5 YR1B3K0CC 21
2-1622796-6 YR1B42K2CC 21
2-1622796-7 YR1B43K2CC 21
2-1622796-8 YR1B475RCC 21
2-1622796-9 YR1B4K64CC 21
2-1622800-0 SIL05E471G 152
2-1622800-1 SIL05E471J 152
2-1622800-2 SIL05E472J 152
2-1622800-3 SIL05E473J 152
2-1622800-4 SIL05E512J 152
2-1622800-5 SIL05E182J 152
2-1622800-6 SIL05E271J 152
2-1622800-7 SIL05E221J 152
2-1622800-8 SIL05E122J 152
2-1622800-9 SIL05E561J 152
2-1622801-0 SIL06E473G 152
2-1622801-1 SIL06E474J 152
2-1622801-2 SIL06E681G 152
2-1622801-3 SIL06E681J 152
2-1622801-4 SIL06E101J 152
2-1622801-5 SIL06E104J 152
2-1622801-6 SIL06E184J 152
2-1622802-0 SIL06M332J 152
2-1622802-1 SIL06M333G 152
2-1622802-2 SIL06M471G 152
2-1622802-3 SIL06M472J 152
2-1622802-4 SIL06M473G 152
2-1622802-5 SIL06M681J 152
2-1622802-6 SIL06M820J 152
2-1622802-7 SIL06M821J 152
2-1622802-8 SIL06M823G 152
2-1622802-9 SIL06M334J 152
2-1622804-0 SIL08E224G 152
2-1622804-1 SIL08E224J 152
2-1622804-2 SIL08E271G 152
2-1622804-3 SIL08E272G 152
2-1622804-4 SIL08E272J 152
2-1622804-5 SIL08E330G 152
2-1622804-6 SIL08E331G 152
2-1622804-7 SIL08E332G 152
2-1622804-8 SIL08E332J 152
2-1622804-9 SIL08E334G 152
2-1622805-0 SIL08M181J 152
2-1622805-1 SIL08M182G 152
2-1622805-2 SIL08M182J 152
2-1622805-3 SIL08M202G 152
2-1622805-4 SIL08M204G 152
2-1622805-5 SIL08M221G 152
2-1622805-6 SIL08M221J 152
2-1622805-7 SIL08M222J 152
2-1622805-8 SIL08M223G 152
2-1622805-9 SIL08M223J 152
2-1622806-0 SIL09E221G 152
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2-1622806-1 SIL09E221J 152
2-1622806-2 SIL09E222J 152
2-1622806-3 SIL09E223J 152
2-1622806-4 SIL09E224J 152
2-1622806-5 SIL09E271J 152
2-1622806-6 SIL09E272G 152
2-1622806-7 SIL09E272J 152
2-1622806-8 SIL09E331G 152
2-1622806-9 SIL09E331J 152
2-1622807-0 SIL10E334G 152
2-1622807-1 SIL10E391G 152
2-1622807-2 SIL10E392G 152
2-1622807-3 SIL10E470G 152
2-1622807-4 SIL10E471G 152
2-1622807-5 SIL10E472G 152
2-1622807-6 SIL10E472J 152
2-1622807-7 SIL10E473G 152
2-1622807-8 SIL10E473J 152
2-1622807-9 SIL10E474G 152
2-1622819-0 MCNY48332J 134
2-1622819-1 MCNC48102J 134
2-1622819-2 MCNC48472J 134
2-1622820-0 35201R5JT 132
2-1622820-1 35201R8JT 132
2-1622820-2 3520200RJT 132
2-1622820-3 352020KJT 132
2-1622820-4 3520220KJT 132
2-1622820-5 3520220RJT 132
2-1622820-6 352022KJT 132
2-1622820-7 352022RJT 132
2-1622820-8 3520270RJT 132
2-1622820-9 352027RJT 132
2-1622821-6 CRL1220TR15FTD 33
2-1622821-7 CRL1220T1R0FTD 33
2-1622821-8 CRL1220SR10FTD 33
2-1622821-9 CRL1220TR068FTD 33
2-1622824-0 RL73H2BR33FTD 32
2-1622824-1 RL73H3AR56FTE 32
2-1622825-0 RL73K3AR36GTE 32
2-1622825-3 RL73K3AR51JTE 32
2-1622826-0 CRG0402J1K5 130
2-1622826-1 CRG0402J1K8 130
2-1622826-2 CRG0402J1M0 130
2-1622826-3 CRG0402J220K 130
2-1622826-4 CRG0402J220R 130
2-1622826-5 CRG0402J22K 130
2-1622826-6 CRG0402J22R 130
2-1622826-7 CRG0402J270K 130
2-1622826-8 CRG0402J270R 130
2-1622826-9 CRG0402J27K 130
2-1622828-0 CRG0603F105K 130
2-1622830-0 CRG0603F10K7 130
2-1622833-0 CRG0603F115K 130
2-1622834-0 CRG0603F11K5 130
2-1622837-0 CRG0603F121R 130
2-1622842-0 CRG0603F12R7 130
2-1622844-0 CRG0603F133R 130
2-1622847-0 CRG0603F143R 130
2-1622850-0 CRG0603F14R 130
2-1622852-0 CRG0603F154R 130
2-1622853-0 CRG0603F15K8 130
2-1622854-0 CRG0603F15R8 130
2-1622856-0 CRG0603F162R 130
2-1622857-0 CRG0603F16K5 130
2-1622858-0 CRG0603F16R9 130
2-1622859-0 CRG0603F178K 130
2-1622861-0 CRG0603F182R 130
2-1622865-0 CRG0603F196K 130
2-1622865-5 CRG0603F196R 130
2-1622868-0 CRG0603F1K15 130
2-1622869-0 CRG0603F1K27 130
2-1622870-0 CRG0603F1K37 130
2-1622871-0 CRG0603F1K47 130
2-1622872-0 CRG0603F1K58 130
2-1622874-0 CRG0603F1K69 130
2-1622876-0 CRG0603F1K87 130
2-1622882-0 CRG0603F210R 130
2-1622885-0 CRG0603F226K 130
2-1622889-0 CRG0603F232R 130
2-1622892-0 CRG0603F243R 130
2-1622895-0 CRG0603F25K5 130
2-1622895-5 CRG0603F25R5 130
2-1622897-0 CRG0603F274R 130
2-1622900-0 CRG0603F28K 130
2-1622900-5 CRG0603F28K7 130
2-1622901-0 CRG0603F2K1 130
2-1622903-0 CRG0603F2K32 130
2-1622906-0 CRG0603F2K55 130
2-1622908-0 CRG0603F2K87 130
2-1622912-0 CRG0603F301R 130
2-1622916-0 CRG0603F319K 130
2-1622916-5 CRG0603F31K6 130

2-1622923-0 CRG0603F348K 130
2-1622924-0 CRG0603F34R 130
2-1622926-0 CRG0603F365R 130
2-1622928-0 CRG0603F374K 130
2-1622929-0 CRG0603F383R 130
2-1622931-0 CRG0603F392R 130
2-1622940-0 CRG0603F3K83 130
2-1622941-0 CRG0603F3K92 130
2-1622942-0 CRG0603F412R 130
2-1622942-5 CRG0603F422K 130
2-1622944-0 CRG0603F432R 130
2-1622946-0 CRG0603F44K2 130
2-1622946-5 CRG0603F44R2 130
2-1622947-0 CRG0603F46R4 130
2-1622954-0 CRG0603F487R 130
2-1622958-0 CRG0603F4K53 130
2-1622960-0 CRG0603F4K87 130
2-1622963-0 CRG0603F511R 130
2-1622967-0 CRG0603F53R6 130
2-1622967-5 CRG0603F549R 130
2-1622969-0 CRG0603F562R 130
2-1622971-0 CRG0603F57K6 130
2-1622971-5 CRG0603F590K 130
2-1622974-0 CRG0603F5K49 130
2-1622977-0 CRG0603F604R 130
2-1622983-0 CRG0603F649K 130
2-1622989-0 CRG0603F69K8 130
2-1622990-0 CRG0603F6K65 130
2-1622993-0 CRG0603F715R 130
2-1622997-0 CRG0603F787R 130
2-1622997-5 CRG0603F78K7 130
2-1622998-0 CRG0603F7K87 130
2-1623003-0 CRG0603F86K6 130
2-1623003-5 CRG0603F86R6 130
2-1623007-0 CRG0603F90R9 130
2-1623012-0 CRG0603F95R3 130
2-1623012-5 CRG0603F976K 130
2-1623014-0 CRG0603F9K76 130
2-1623089-0 CRG0603J7R5 130
2-1623093-0 CRG0603J9M1 130
2-1623235-0 CRG0805F48K7 130
2-1623263-0 CRG0805F619K 130
2-1623283-0 CRG0805F787K 130
2-1623313-0 CRG0805J120K/10 130
2-1623325-0 CRG0805J180K/10 130
2-1623326-0 CRG0805J18R/10 130
2-1623390-0 CRG0805J68K/10 130
2-1623396-0 CRG0805J82R/10 130
2-1623400-0 CRG0805J9R1 130
2-1623431-0 CRG1206F162R 130
2-1623434-0 CRG1206F178R 130
2-1623696-0 CRG2512J27R 130
2-1623696-1 CRG2512J2K2 130
2-1623696-2 CRG2512J330R 130
2-1623696-3 CRG2512J33K 130
2-1623696-4 CRG2512J33R 130
2-1623696-5 CRG2512J3R3 130
2-1623696-6 CRG2512J3R9 130
2-1623696-7 CRG2512J470K 130
2-1623696-8 CRG2512J470R 130
2-1623696-9 CRG2512J47R 130
2-1623703-0 CPG0603F10KC 12
2-1623703-1 CPG0603F20RD 12
2-1623703-2 CPG0603F562RC 12
2-1623703-3 CPG0603D12KC 12
2-1623703-4 CPG0603F910KC 12
2-1623705-0 CPG1206F121RC 12
2-1623705-1 CPG1206F51R1C 12
2-1623709-0 FCA2560RJ 50
2-1623709-1 FCA282RJ 50
2-1623709-2 FCA2R36K 50
2-1623709-3 FCA4100RJ 50
2-1623709-4 FCA410RJ 50
2-1623709-5 FCA412RJ 50
2-1623709-6 FCA4150RK 50
2-1623709-7 FCA415RJ 50
2-1623709-8 FCA415RK 50
2-1623709-9 FCA41K0K 50
2-1623713-0 FCB2R33J 50
2-1623713-1 FCB2R33K 50
2-1623713-2 FCB2R36J 50
2-1623713-3 FCB2R47J 50
2-1623713-4 FCB2R47K 50
2-1623713-5 FCB23R3J 50
2-1623713-6 FCB210RJ 50
2-1623713-7 FCB2150RJ 50
2-1623713-8 FCB2220RJ 50
2-1623713-9 FCB22R2K 50
2-1623714-0 FCB433RJ 50
2-1623714-1 FCB4390RJ 50
2-1623714-2 FCB4390RK 50
2-1623714-3 FCB43K3J 50

2-1623714-4 FCB43R3J 50
2-1623714-5 FCB4470RJ 50
2-1623714-6 FCB447RJ 50
2-1623714-7 FCB44K7J 50
2-1623714-8 FCB44R7J 50
2-1623714-9 FCB4560RJ 50
2-1623724-0 SBCH415RJ 54
2-1623724-1 SBCH410KJ 54
2-1623724-2 SBCH4150RJ 54
2-1623724-3 SBCH41K5J 54
2-1623724-4 SBCH41R0J 54
2-1623724-5 SBCH42K2J 54
2-1623724-6 SBCH4330RJ 54
2-1623724-7 SBCH43K3J 54
2-1623724-8 SBCH43R3J 54
2-1623724-9 SBCH44K7J 54
2-1623728-0 SBCHE113R9J 54
2-1623728-1 SBCHE11470RJ 54
2-1623728-2 SBCHE1147RJ 54
2-1623728-3 SBCHE114K7J 54
2-1623728-4 SBCHE114R7K 54
2-1623728-5 SBCHE115R6J 54
2-1623728-6 SBCHE11680RJ 54
2-1623728-7 SBCHE1168RJ 54
2-1623728-8 SBCHE116K8J 54
2-1623728-9 SBCHE116R8J 54
2-1623729-0 SBCHE15470RJ 54
2-1623729-1 SBCHE1547RJ 54
2-1623729-2 SBCHE154K7J 54
2-1623729-3 SBCHE154R7K 54
2-1623729-4 SBCHE15680RJ 54
2-1623729-5 SBCHE1568RJ 54
2-1623729-6 SBCHE156K8J 54
2-1623729-7 SBCHE156R8J 54
2-1623729-9 SBCHE15R56J 54
2-1623730-0 SBCHE44K7J 54
2-1623730-1 SBCHE44R7J 54
2-1623730-3 SBCHE4680RJ 54
2-1623730-4 SBCHE468RJ 54
2-1623730-5 SBCHE46K8J 54
2-1623730-6 SBCHE46R8J 54
2-1623730-8 SBCHE4820RJ 54
2-1623730-9 SBCHE4R22K 54
2-1623732-0 SBCHE61R8K 54
2-1623732-1 SBCHE6220RJ 54
2-1623732-2 SBCHE622KJ 54
2-1623732-3 SBCHE622RJ 54
2-1623732-4 SBCHE6270RJ 54
2-1623732-5 SBCHE627RJ 54
2-1623732-6 SBCHE62K2J 54
2-1623732-7 SBCHE62K7J 54
2-1623732-8 SBCHE62R2K 54
2-1623732-9 SBCHE62R7K 54
2-1623742-0 SBC4R22J 54
2-1623742-1 SBC4R47J 54
2-1623742-2 SBC4R68J 54
2-1623742-3 SBC410KJ 54
2-1623742-4 SBC43R3J 54
2-1623746-0 ER74270RJT 58
2-1623746-1 ER7427RJT 58
2-1623746-2 ER742K2JT 58
2-1623746-3 ER742K7JT 58
2-1623746-4 ER742R0JT 58
2-1623746-5 ER742R2JT 58
2-1623746-6 ER742R7JT 58
2-1623746-7 ER74330RJT 58
2-1623746-8 ER7433RJT 58
2-1623746-9 ER74390RJT 58
2-1623748-0 ER16R56KL 58
2-1623748-1 ER16R15JL 58
2-1623748-2 ER16R22JL 58
2-1623748-3 ER165K6JL 58
2-1623748-4 ER16R47JL 58
2-1623748-6 ER16100RJL 58
2-1623748-7 ER16470RJL 58
2-1623749-0 ER17100KJL 58
2-1623749-1 ER17100RJL 58
2-1623749-2 ER1736RJL 58
2-1623749-3 ER1739RJL 58
2-1623749-4 ER1718RJL 58
2-1623749-5 ER1733RJL 58
2-1623750-0 ER5833RJT 58
2-1623750-2 ER583R3JT 58
2-1623750-3 ER583R9JT 58
2-1623750-4 ER58470RJT 58
2-1623750-5 ER5847RJT 58
2-1623750-6 ER584K7JT 58
2-1623750-7 ER584R7JT 58
2-1623750-8 ER58560RJT 58
2-1623750-9 ER5856RJT 58
2-1623755-2 5930SA102JSR 242
2-1623755-3 5930SA103JSR 242

2-1623755-4 5930SA104JSR 242
2-1623755-5 5930SA201JSR 242
2-1623755-6 5930SA202JSR 242
2-1623755-7 5930SA203JSR 242
2-1623755-8 5930SA501JSR 242
2-1623755-9 5930SA502JSR 242
2-1623771-0 C3A220RJT 56
2-1623771-1 C3A22RJT 56
2-1623771-2 C3A240RJT 56
2-1623771-3 C3A270RGT 56
2-1623771-4 C3A270RJT 56
2-1623771-5 C3A27RJT 56
2-1623771-6 C3A2K2JT 56
2-1623771-7 C3A2R2JT 56
2-1623771-8 C3A33RJT 56
2-1623771-9 C3A390RJT 56
2-1623772-0 C7200RJT 56
2-1623772-2 C720KJT 56
2-1623772-3 C7220RJT 56
2-1623772-4 C722KJT 56
2-1623772-5 C722RJT 56
2-1623772-6 C7240RGT 56
2-1623772-7 C7270RGT 56
2-1623772-8 C7270RJT 56
2-1623772-9 C727KJT 56
2-1623773-0 C10330RJL 56
2-1623773-1 C1033KJL 56
2-1623773-2 C1033RJL 56
2-1623773-3 C103K3JL 56
2-1623773-4 C103R3JL 56
2-1623773-5 C10470RJL 56
2-1623773-6 C1047KJL 56
2-1623773-7 C1047RJL 56
2-1623773-8 C104K7JL 56
2-1623773-9 C10680RJL 56
2-1623774-0 C141K0JL 56
2-1623774-1 C141K5JL 56
2-1623774-2 C141R0JL 56
2-1623774-3 C141R5JL 56
2-1623774-4 C14220RJL 56
2-1623774-5 C1422KJL 56
2-1623774-6 C142K2JL 56
2-1623774-7 C142R2JL 56
2-1623774-8 C14330RJL 56
2-1623774-9 C1433KJL 56
2-1623776-0 MPC525R6J 72
2-1623776-1 MPC52102F 72
2-1623782-0 SQMR539KJ 51
2-1623782-1 SQMR5390RJ 51
2-1623782-2 SQMR512KJ 51
2-1623782-3 SQMR55K6J 51
2-1623782-4 SQMR58K2J 51
2-1623783-0 SQMR72K2G 51
2-1623783-1 SQMR7100KJ 51
2-1623788-0 SQMW58R2J 51
2-1623788-1 SQMW5R10J 51
2-1623788-2 SQMW5R15J 51
2-1623788-3 SQMW5R18J 51
2-1623788-4 SQMW5R20J 51
2-1623788-5 SQMW5R22J 51
2-1623788-6 SQMW5R27J 51
2-1623788-7 SQMW5R33J 51
2-1623788-8 SQMW5R39J 51
2-1623788-9 SQMW5R47J 51
2-1623789-0 SQMW7R10J 51
2-1623789-1 SQMW7R22J 51
2-1623789-2 SQMW7R33J 51
2-1623789-3 SQMW7R47J 51
2-1623789-4 SQMW7R68J 51
2-1623789-5 SQMW7R13J 51
2-1623789-6 SQMW7390RJ 51
2-1623789-7 SQMW71R8J 51
2-1623789-8 SQMW71R0G 51
2-1623789-9 SQMW7120RJ 51
2-1623795-0 SQPW10R22J 51
2-1623795-1 SQPW10R47J 51
2-1623795-2 SQPW153R3J 51
2-1623795-3 SQPW2R047J 51
2-1623795-4 SQPW2R10K 51
2-1623795-5 SQPW310RJ 51
2-1623795-6 SQPW3R47J 51
2-1623795-7 SQPW5100RJ 51
2-1623795-8 SQPW510RJ 51
2-1623795-9 SQPW515RJ 51
2-1623808-0 SQZW739RJ 51
2-1623809-0 MPR20C4K7J 80
2-1623809-1 MPR20H10RJ 80
2-1623809-6 MPR20HR22J 80
2-1623809-7 MPR20HR47J 80
2-1623809-8 MPR20C56RJ 80
2-1623809-9 MPR20C100RF 80
2-1623841-0 4295PF103K 208
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2-1623891-0 CT6V204N 192
2-1623891-1 CT6V503N 192
2-1623891-2 CT6V504N 192
2-1623925-0 CFR100J1R5 140
2-1623925-1 CFR100J220K 140
2-1623925-2 CFR100J220R 140
2-1623925-3 CFR100J22K 140
2-1623925-4 CFR100J22R 140
2-1623925-5 CFR100J270R 140
2-1623925-6 CFR100J27K 140
2-1623925-7 CFR100J2K2 140
2-1623925-8 CFR100J2K7 140
2-1623925-9 CFR100J2R7 140
2-1623927-1 CFR16J18K 140
2-1623927-2 CFR16J18R 140
2-1623927-3 CFR16J1K0 140
2-1623927-6 CFR16J1K2 140
2-1623927-8 CFR16J1K5 140
2-1623928-0 CFR16J3R3 140
2-1623928-1 CFR16J3R9 140
2-1623928-4 CFR16J470K 140
2-1623928-5 CFR16J470R 140
2-1623928-6 CFR16J47K 140
2-1623928-7 CFR16J47R 140
2-1623928-8 CFR16J4K7 140
2-1623928-9 CFR16J4M7 140
2-1623929-0 CFR200J220K 140
2-1623929-1 CFR200J220R 140
2-1623929-2 CFR200J22K 140
2-1623929-3 CFR200J22R 140
2-1623929-4 CFR200J27K 140
2-1623929-5 CFR200J2K2 140
2-1623929-6 CFR200J2K7 140
2-1623929-7 CFR200J2M2 140
2-1623929-8 CFR200J330K 140
2-1623929-9 CFR200J330R 140
2-1623930-0 CFR25J15K 140
2-1623930-1 CFR25J15R 140
2-1623930-2 CFR25J160K 140
2-1623930-3 CFR25J160R 140
2-1623930-4 CFR25J16K 140
2-1623930-5 CFR25J180K 140
2-1623930-6 CFR25J180R 140
2-1623930-7 CFR25J18K 140
2-1623930-8 CFR25J18R 140
2-1623930-9 CFR25J1K0 140
2-1623931-0 CFR25J3K0 140
2-1623931-1 CFR25J3K3 140
2-1623931-2 CFR25J3K6 140
2-1623931-3 CFR25J3K9 140
2-1623931-4 CFR25J3M3 140
2-1623931-5 CFR25J3M9 140
2-1623931-6 CFR25J3R0 140
2-1623931-8 CFR25J3R3 140
2-1623931-9 CFR25J3R9 140
2-1623932-0 CFR50J12R 140
2-1623932-1 CFR50J130R 140
2-1623932-2 CFR50J13K 140
2-1623932-3 CFR50J150K 140
2-1623932-4 CFR50J150R 140
2-1623932-6 CFR50J15K 140
2-1623932-8 CFR50J15R 140
2-1623932-9 CFR50J160R 140
2-1623933-0 CFR50J3K9/S 140
2-1623933-1 CFR50J3M3 140
2-1623933-3 CFR50J3M9 140
2-1623933-5 CFR50J3R3 140
2-1623933-7 CFR50J3R9 140
2-1623933-8 CFR50J43K 140
2-1623933-9 CFR50J470K 140
2-1624191-0 51474A 226
2-1624191-1 51472B 226
2-1624200-0 RW1252KE 240
2-1624200-1 RW1253KC 240
2-1624200-2 RW1253KE 240
2-1624200-3 RW1501KC 240
2-1624200-4 RW1501KE 240
2-1624200-5 RW1502KC 240
2-1624200-6 RW1502KE 240
2-1624200-7 RW1503KC 240
2-1624200-8 RW1500KE 240
2-1624200-9 RW1503KE 240
2-1624222-0 31RRB472MPG20B 230
2-1624235-0 ES3WR47J 147
2-1624235-1 ES3WR05G 147
2-1624235-2 ES3WR68J 147
2-1624235-4 ES3W56RJ 147
2-1624245-0 RSS2W33RJTB 146
2-1624245-1 RSS2W3K3JTB 146
2-1624245-2 RSS2W470RJTB 146
2-1624245-3 RSS2W47KJTB 146
2-1624245-4 RSS2W47RJTB 146

2-1624245-5 RSS2W4K7JTB 146
2-1624245-6 RSS2W680RJTB 146
2-1624245-7 RSS2W68RJTB 146
2-1624245-8 RSS2W6K8JTB 146
2-1624246-0 RSS322RJTB 146
2-1624246-1 RSS3270RJTB 146
2-1624246-2 RSS327KJTB 146
2-1624246-3 RSS327RJTB 146
2-1624246-4 RSS32K2JTB 146
2-1624246-5 RSS32K7JTB 146
2-1624246-6 RSS3330RJTB 146
2-1624246-7 RSS333KJTB 146
2-1624246-8 RSS333RJTB 146
2-1624246-9 RSS3390RJTB 146
2-1624292-0 SP1R412FT 48
2-1624299-0 SP21K5FT 48
2-1625827-0 TL3AR001FTDG 26
2-1625827-1 TL3AR002FTDG 26
2-1625827-2 TL3AR003FTDG 26
2-1625827-3 TL3AR004FTDG 26
2-1625827-4 TL3AR22FTDG 26
2-1625827-5 TL3AR47FTDG 26
2-1625827-6 TL3AR50FTDG 26
2-1625870-0 RP73G1J6K81BTDF 8
2-1625870-1 RP73G1J75KFTD 8
2-1625870-2 RP73G1J8K66FTD 8
2-1625870-3 RP73G1J910RFTD 8
2-1625876-0 CBT50J27R 149
2-1625876-1 CBT50J4R7 149
2-1625876-2 CBT50K56K 149
2-1625876-3 CBT50J680R 149
2-1625876-4 CBT50K22R 149
2-1625876-5 CBT50K470R 149
2-1625876-6 CBT50J2R2 149
2-1625876-7 CBT50K33R 149
2-1625876-8 CBT50K2K2 149
2-1625876-9 CBT50J100R 149
2-1625885-0 ROX1SJ150K 144
2-1625885-3 ROX1SJ150R 144
2-1625885-4 ROX1SJ15K 144
2-1625885-5 ROX1SJ15R 144
2-1625885-6 ROX1SJ180K 144
2-1625885-7 ROX1SJ180R 144
2-1625885-8 ROX1SJ18K 144
2-1625886-0 ROX1SJ47R 144
2-1625886-1 ROX1SJ4K7 144
2-1625886-2 ROX1SJ4R7 144
2-1625886-3 ROX1SJ560K 144
2-1625886-4 ROX1SJ560R 144
2-1625886-5 ROX1SJ56K 144
2-1625886-6 ROX1SJ56R 144
2-1625886-7 ROX1SJ5K1 144
2-1625886-9 ROX1SJ5K6 144
2-1625890-0 ROX2SJ1K0 144
2-1625890-1 ROX2SJ1K2 144
2-1625890-2 ROX2SJ1K3 144
2-1625890-3 ROX2SJ1K5 144
2-1625890-4 ROX2SJ1K8 144
2-1625890-6 ROX2SJ1M0 144
2-1625890-7 ROX2SJ1R0 144
2-1625890-8 ROX2SJ1R2 144
2-1625890-9 ROX2SJ1R8 144
2-1625892-0 ROX3SJ18R 144
2-1625892-1 ROX3SJ1K0 144
2-1625892-2 ROX3SJ1K2 144
2-1625892-3 ROX3SJ1K5 144
2-1625892-4 ROX3SJ1K8 144
2-1625892-5 ROX3SJ1M0 144
2-1625892-6 ROX3SJ1R0 144
2-1625892-7 ROX3SJ1R8 144
2-1625892-8 ROX3SJ20K 144
2-1625930-0 MC1-2K2-10%-1"-DR 239
2-1625930-1 MC1-10K-10%-2"-PL 239
2-1625930-3 MC1-22K-10%-20MM-SL 239
2-1625930-4 MC1-22K-10%-5/8"-SL 239
2-1625930-5 MC1-1M-10%-16MM-SL 239
2-1625930-7 MC1-4K7-10%-1"-DR 239
2-1625930-8 MC1-4K7-10%-22MM-SL 239
2-1625930-9 MC1-10K-10%-20MM-SL 239
2-1625931-0 MCU-47K-10%-5/8"-SL 239
2-1625931-1 MCU-100K-10%-5/8"-SL 239
2-1625931-2 MCU-220K-10%-5/8"-SL 239
2-1625931-3 MCU-1M-10%-5/8"-SL 239
2-1625931-4 MCU-470K-10%-1"-PL 239
2-1625931-5 MCU-100K-10%-1"-PL 239
2-1625931-6 MCU-100R-10%-1"-PL 239
2-1625931-7 MCU-470R-10%-1"-PL 239
2-1625931-8 MCU-1K-10%-1"-PL 239
2-1625931-9 MCU-2K2-10%-1"-PL 239
2-1625932-0 LC1-50K-10%-11/16"-FL 238
2-1625932-1 LC1-50K-10%-1/2"-PL 238
2-1625932-3 LC1-10K-10%-38.1MM-SL 238

2-1625932-4 LC1-2K2-20%-11.1MM-PL 238
2-1625932-5 LC1-5K-20%-11.1MM-PL 238
2-1625932-6 LC1-100K-10%-22MM-FL 238
2-1625932-7 LC1-4K7-20%-16MM-SL 238
2-1625932-8 LC1-4K7-20%-16MM-PL 238
2-1625932-9 LC1-100K-20%-19MM-PL 238
2-1625939-0 PC910-4K7-20%-LIN 216
2-1625957-0 HVR50D7M5F 116
2-1625957-1 HVR50D82M5J 116
2-1625957-2 HVR50D82M5K 116
2-1625957-3 HVR50D92KK 116
2-1625957-4 HVR50D110MKE 116
2-1625957-5 HVR50D16MK 116
2-1625957-6 HVR50D300KJ 116
2-1625957-7 HVR50D150KK 116
2-1625957-8 HVR50D20KK 116
2-1625958-0 HB122MFZRE 114
2-1625958-1 HB125MFZAE 114
2-1625958-2 HB125MFZRE 114
2-1625958-4 HB12M0FZRE 114
2-1625958-5 HB12M5FZRE 114
2-1625958-6 HB1300KFZRE 114
2-1625958-7 HB1300MFZRE 114
2-1625958-8 HB130MFZRS 114
2-1625958-9 HB13M0FZRE 114
2-1625959-0 HB330MJZRE 114
2-1625959-1 HB3330MFZRE 114
2-1625959-2 HB33M0FZRE 114
2-1625959-3 HB3500MFZRE 114
2-1625959-4 HB350MFZAE 114
2-1625959-5 HB350MFZRE 114
2-1625959-6 HB35M0FZRE 114
2-1625959-7 HB3500MJZRE 114
2-1625959-8 HB3250MFZRE 114
2-1625959-9 HB33M3FZRE 114
2-1625963-2 HSA523R5F 60
2-1625963-3 HSA5270RJ 60
2-1625963-4 HSA527RJ 60
2-1625963-5 HSA52K2F 60
2-1625963-7 HSA52K7J 60
2-1625966-0 HSA10220RE 60
2-1625966-1 HSA1022RJ 60
2-1625966-2 HSA1027RJ 60
2-1625966-4 HSA102R2J 60
2-1625966-7 HSA102R7J 60
2-1625966-8 HSA1030RJ 60
2-1625966-9 HSA10330RJ 60
2-1625971-0 HSA251R2J 60
2-1625971-1 HSA251R5E 60
2-1625971-2 HSA251R5J 60
2-1625971-3 HSA2520KJ 60
2-1625971-4 HSA25220RJ 60
2-1625971-5 HSA2522KJ 60
2-1625971-6 HSA2522RE 60
2-1625971-7 HSA2522RJ 60
2-1625971-9 HSA2524KJ 60
2-1625984-0 HSA501K8J 60
2-1625984-1 HSA501R0F 60
2-1625984-2 HSA501R0J 60
2-1625984-4 HSA501R2E 60
2-1625984-5 HSA501R2J 60
2-1625984-6 HSA501R5J 60
2-1625984-7 HSA501R8J 60
2-1625984-8 HSA50200RJ 60
2-1625984-9 HSA5020RJ 60
2-1625985-0 NHSA5047RJ 60
2-1625985-1 NHSA504R0F 60
2-1625985-2 NHSA50512RF 60
2-1625985-3 NHSA5064RF 60
2-1625985-4 NHSA508R0F 60
2-1625985-5 NHSA5095RF 60
2-1625985-6 NHSA50R15J 60
2-1625985-7 NHSA50R30F 60
2-1625985-8 NHSA50R68J 60
2-1625985-9 NHSA50121RF 60
2-1625999-0 HSC10022RJ 60
2-1625999-1 HSC10025RJ 60
2-1625999-2 HSC10027RJ 60
2-1625999-3 HSC1002K0J 60
2-1625999-4 HSC1002K2J 60
2-1625999-5 HSC1002K7J 60
2-1625999-6 HSC1002R2J 60
2-1625999-7 HSC1002R7J 60
2-1625999-8 HSC100330RJ 60
2-1625999-9 HSC10033RJ 60
2-1630012-0 HSC15082RK 60
2-1630012-1 HSC300R10J 60
2-1630012-2 HSC1502R0J 60
2-1630012-3 HSC1504R0J 60
2-1630019-0 HSC20040RJ 60
2-1630019-1 HSC200470RJ 60
2-1630019-2 HSC20047RJ 60

2-1630019-3 HSC20050KJ 60
2-1630019-4 HSC20056RJ 60
2-1630019-5 HSC20064RJ 60
2-1630019-6 HSC2006R8J 60
2-1630019-7 HSC200R10J 60
2-1630019-8 HSC200R47J 60
2-1630019-9 HSC200127RJ 60
2-1630027-0 HSC3006R8J 60
2-1630027-1 HSC30075RJ 60
2-1630027-2 HSC300R20F 60
2-1630027-3 HSC300R32J 60
2-1630027-4 HSC300R47J 60
2-1630027-5 HSC300R56J 60
2-1630027-6 HSC3004R0J 60
2-1630027-7 HSC3008R0J 60
2-1630027-8 HSC30025RJ 60
2-1630027-9 HSC30015RJ 60
2-1630186-0 HSA50400RJ 60
2-1630186-1 HSA50R22J 60
2-1630186-2 HSA505R0J 60
2-1630186-3 HSA5050RJ 60
2-1630186-4 HSA5033KJ 60
2-1630186-5 HSA5060RJ 60
2-1630186-6 HSA5055RJ 60
2-1630186-7 HSA505R1J 60
2-1630186-8 HSA50100RE 60
2-1630186-9 HSA5039RE 60
2-1630477-0 H4P910RFZAR 17
2-1630477-1 H4P91KFZAR 17
2-1630477-2 H4P91RFZAR 17
2-1630477-3 H4P9K1FZAR 17
2-1630477-4 H4P150KFCAR 17
2-1630477-5 H4P150RFCAR 17
2-1630477-6 H4P3R3FCAR 17
2-1630477-7 H4P470RFCAR 17
2-1630477-8 H4P4R7FCAR 17
2-1630477-9 H4P68KFCAR 17
2-1630479-0 CB10MH225NE 202
2-1630479-1 CB10MH471M 202
2-1630479-2 CB10MH471ME 202
2-1630479-3 CB10MH472M 202
2-1630479-4 CB10MH472ME 202
2-1630479-5 CB10MH473M 202
2-1630479-6 CB10MH473ME 202
2-1630479-7 CB10MH474M 202
2-1630479-8 CB10MH474ME 202
2-1630481-0 CB10MV225NE 202
2-1630481-1 CB10MV471M 202
2-1630481-2 CB10MV471ME 202
2-1630481-3 CB10MV472M 202
2-1630481-4 CB10MV472ME 202
2-1630481-5 CB10MV473M 202
2-1630481-6 CB10MV473MC 202
2-1630481-7 CB10MV473ME 202
2-1630481-8 CB10MV474M 202
2-1630481-9 CB10MV474ME 202
2-1676003-0 CP16SH10IP06474 224
2-1676003-1 CP16SH10IP6103B 224
2-1676003-2 CP16SH101P6103BI 224
2-1676003-3 CP16SH10IP6103I 224
2-1676003-4 CP16SH10IP6104B 224
2-1676003-5 CP16SH10IP6104BI 224
2-1676003-6 CP16SH10IP6104I 224
2-1676003-7 CP16SH10IP6472B 224
2-1676003-8 CP16SH10IP6472BI 224
2-1676003-9 CP16SH10IP6472I 224
2-1676480-0 CRG0402F180R 130
2-1676480-1 CRG0402F18K 130
2-1676480-2 CRG0402F1K0 130
2-1676480-3 CRG0402F1K1 130
2-1676480-4 CRG0402F1K2 130
2-1676480-5 CRG0402F1K3 130
2-1676480-6 CRG0402F1K5 130
2-1676480-7 CRG0402F1K6 130
2-1676480-8 CRG0402F1K8 130
2-1676480-9 CRG0402F1M0 130
2-1676625-0 HSA254R0E 60
2-1676625-1 HSA252K0J 60
2-1676625-2 HSA25R11J 60
2-1676625-3 HSA2548RJ 60
2-1676625-4 HSA2534RJ 60
2-1676625-5 HSA2530RJ 60
2-1676845-0 H4P2K5FCAR 17
2-1676845-1 H4P2K7FCAR 17
2-1676845-2 H4P316RFCAR 17
2-1676845-3 H4P34RFCAR 17
2-1676845-4 H4P39KFCAR 17
2-1676845-5 H4P3K0FCAR 17
2-1676845-6 H4P3K3FCAR 17
2-1676845-7 H4P402RFCAR 17
2-1676845-8 H4P430RFCAR 17
2-1676845-9 H4P43KFCAR 17
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2-1676913-0 YR1B1K69CC 21
2-1676913-1 YR1B1K74CC 21
2-1676913-2 YR1B1K78CC 21
2-1676913-3 YR1B1K87CC 21
2-1676913-4 YR1B1K91CC 21
2-1676913-5 YR1B1K96CC 21
2-1676913-6 YR1B1K0CC 21
2-1676913-7 YR1B1M0CC 21
2-1676913-8 YR1B205RCC 21
2-1676913-9 YR1B20K5CC 21
2-1676914-0 YR1B3K65CC 21
2-1676914-1 YR1B3K74CC 21
2-1676914-2 YR1B3K83CC 21
2-1676914-3 YR1B3K92CC 21
2-1676914-4 YR1B402RCC 21
2-1676914-5 YR1B40K2CC 21
2-1676914-6 YR1B412RCC 21
2-1676914-7 YR1B41K2CC 21
2-1676914-8 YR1B422RCC 21
2-1676914-9 YR1B432KCC 21
2-1676915-0 YR1B7K68CC 21
2-1676915-1 YR1B7K87CC 21
2-1676915-2 YR1B806RCC 21
2-1676915-3 YR1B825KCC 21
2-1676915-4 YR1B82R5CC 21
2-1676915-5 YR1B845RCC 21
2-1676915-6 YR1B84K5CC 21
2-1676915-7 YR1B866RCC 21
2-1676915-8 YR1B86K6CC 21
2-1676915-9 YR1B86R6CC 21
2-1676966-1 SMW2R68JT 45
2-1676966-3 SMW2R82JT 45
2-1676966-5 SMW21R0JT 45
2-1676966-7 SMW21R2JT 45
2-1676966-9 SMW21R5JT 45
2-1676970-0 RN73C1J68K1BTG 6
2-1676970-1 RN73C1J69K8BTG 6
2-1676970-9 RN73C1J71K5BTG 6
2-1676971-0 RN73C2A243KBTG 6
2-1676971-1 RN73C2A249KBTG 6
2-1676971-2 RN73C2A255KBTG 6
2-1676971-3 RN73C2A261KBTG 6
2-1676971-4 RN73C2A267KBTG 6
2-1879011-1 SMF21K5JT 45
2-1879011-3 SMF21K8JT 45
2-1879011-5 SMF22K2JT 45
2-1879011-7 SMF22K7JT 45
2-1879011-9 SMF23K3JT 45
2-1879021-1 SMW3R68JT 45
2-1879021-3 SMW3R82JT 45
2-1879021-5 SMW31R0JT 45
2-1879021-7 SMW31R2JT 45
2-1879021-9 SMW31R5JT 45
2-1879022-1 SMF32K2JT 45
2-1879022-3 SMF32K7JT 45
2-1879022-5 SMF33K3JT 45
2-1879022-7 SMF33K9JT 45
2-1879022-9 SMF34K7JT 45
2-1879026-0 YR1B15R8CC 21
2-1879026-1 YR1B15RCC 21
2-1879026-2 YR1B16R2CC 21
2-1879026-3 YR1B16R5CC 21
2-1879026-4 YR1B16R9CC 21
2-1879026-5 YR1B17R4CC 21
2-1879026-6 YR1B17R8CC 21
2-1879026-7 YR1B18R2CC 21
2-1879026-8 YR1B18R7CC 21
2-1879026-9 YR1B19R1CC 21
2-1879027-0 YR1B768KCC 21
2-1879027-1 YR1B76R8CC 21
2-1879027-2 YR1B787KCC 21
2-1879027-3 YR1B806KCC 21
2-1879027-4 YR1B80R6CC 21
2-1879027-5 YR1B845KCC 21
2-1879027-6 YR1B84R5CC 21
2-1879027-7 YR1B866KCC 21
2-1879027-8 YR1B887KCC 21
2-1879027-9 YR1B88R7CC 21
2-1879028-0 RN73C2A453KBTG 6
2-1879028-1 RN73C2A464KBTG 6
2-1879028-2 RN73C2A5R11BTG 6
2-1879028-3 RN73C2A5R23BTG 6
2-1879028-4 RN73C2A5R36BTG 6
2-1879028-5 RN73C2A5R49BTG 6
2-1879028-6 RN73C2A5R62BTG 6
2-1879028-7 RN73C2A5R76BTG 6
2-1879028-8 RN73C2A5R9BTG 6
2-1879028-9 RN73C2A6R04BTG 6
2-1879032-0 H4P24K9FCAR 17
2-1879032-1 H4P24KFCAR 17
2-1879032-2 H4P270KFCAR 17
2-1879032-3 H4P27K4FCAR 17

2-1879032-4 H4P2K21FCAR 17
2-1879032-5 H4P2K43FCAR 17
2-1879032-6 H4P2K49FCAR 17
2-1879032-7 H4P300KFCAR 17
2-1879032-8 H4P301RFCAR 17
2-1879032-9 H4P30K1FCAR 17
3-1613454-0 H4P15KFZAR 17
3-1613454-1 H4P15RFZAR 17
3-1613454-2 H4P180KFZAR 17
3-1613454-3 H4P180RFZAR 17
3-1613454-4 H4P18KFZAR 17
3-1613454-5 H4P18RFZAR 17
3-1613454-6 H4P1K0FZAR 17
3-1613454-7 H4P1K1FZAR 17
3-1613454-8 H4P1K2FZAR 17
3-1613454-9 H4P1K5FZAR 17
3-1614349-0 RN73C1J150KBTG 6
3-1614349-1 RN73C1J154KBTG 6
3-1614349-2 RN73C1J158KBTG 6
3-1614349-3 RN73C1J162KBTG 6
3-1614349-4 RN73C1J165KBTG 6
3-1614349-5 RN73C1J169KBTG 6
3-1614349-6 RN73C1J174KBTG 6
3-1614349-7 RN73C1J178KBTG 6
3-1614349-8 RN73C1J182KBTG 6
3-1614349-9 RN73C1J187KBTG 6
3-1614350-0 RN73C1J13KBTG 6
3-1614350-1 RN73C1J13R3BTG 6
3-1614350-2 RN73C1J13R7BTG 6
3-1614350-3 RN73C1J13RBTG 6
3-1614350-4 RN73C1J140RBTG 6
3-1614350-5 RN73C1J143RBTG 6
3-1614350-6 RN73C1J147RBTG 6
3-1614350-7 RN73C1J14K3BTG 6
3-1614350-8 RN73C1J14K7BTG 6
3-1614350-9 RN73C1J14KBTG 6
3-1614351-0 RN73C1J200RBTG 6
3-1614351-1 RN73C1J205RBTG 6
3-1614351-2 RN73C1J20K5BTG 6
3-1614351-3 RN73C1J1K0BTDF 6
3-1614351-4 RN73C1J1K1BTDF 6
3-1614351-5 RN73C1J1K3BTDF 6
3-1614351-6 RN73C1J200KBTG 6
3-1614351-7 RN73C1J205KBTG 6
3-1614352-0 RN73C1J25K5BTG 6
3-1614352-1 RN73C1J25R5BTG 6
3-1614352-2 RN73C1J261RBTG 6
3-1614352-3 RN73C1J267RBTG 6
3-1614352-4 RN73C1J26K1BTG 6
3-1614352-5 RN73C1J26K7BTG 6
3-1614352-6 RN73C1J26R1BTG 6
3-1614352-7 RN73C1J26R7BTG 6
3-1614352-8 RN73C1J274RBTG 6
3-1614352-9 RN73C1J27K4BTG 6
3-1614353-0 RN73C1J348RBTG 6
3-1614353-1 RN73C1J34K8BTG 6
3-1614353-2 RN73C1J34KBTG 6
3-1614353-3 RN73C1J34R8BTG 6
3-1614353-4 RN73C1J34RBTG 6
3-1614353-5 RN73C1J357RBTG 6
3-1614353-6 RN73C1J35K7BTG 6
3-1614353-7 RN73C1J35R7BTG 6
3-1614353-8 RN73C1J365RBTG 6
3-1614353-9 RN73C1J36K5BTG 6
3-1614354-0 RN73C1J5K9BTG 6
3-1614354-1 RN73C1J604RBTG 6
3-1614354-2 RN73C1J60R4BTG 6
3-1614354-3 RN73C1J619RBTG 6
3-1614354-4 RN73C1J61R9BTG 6
3-1614354-5 RN73C1J634RBTG 6
3-1614354-6 RN73C1J63R4BTG 6
3-1614354-7 RN73C1J649RBTG 6
3-1614354-8 RN73C1J64R9BTG 6
3-1614354-9 RN73C1J665RBTG 6
3-1614770-0 BDS2A25047KK 76
3-1614770-1 BDS2A25047RK 76
3-1614770-2 BDS2A2504K7K 76
3-1614770-3 BDS2A2504R7K 76
3-1614770-4 BDS2A25050RK 76
3-1614770-5 BDS2A2506K8G 76
3-1614770-7 BDS2A2506R8K 76
3-1614770-8 BDS2A2507K5J 76
3-1614770-9 BDS2A250800RK 76
3-1614966-0 CPF1206B15KE 10
3-1622796-0 YR1B4K75CC 21
3-1622796-1 YR1B51K5CC 21
3-1622796-2 YR1B5K11CC 21
3-1622796-3 YR1B5K49CC 21
3-1622796-4 YR1B5K62CC 21
3-1622796-5 YR1B61K9CC 21
3-1622796-6 YR1B68K1CC 21
3-1622796-7 YR1B6K19CC 21

3-1622796-8 YR1B80K6CC 21
3-1622796-9 YR1B825RCC 21
3-1622800-0 SIL05E681J 152
3-1622800-1 SIL05E333J 152
3-1622800-2 SIL05E682J 152
3-1622800-3 SIL05E103G 152
3-1622802-0 SIL06M620J 152
3-1622802-1 SIL06M224J 152
3-1622802-2 SIL06M330J 152
3-1622802-3 SIL06M682J 152
3-1622802-4 SIL06M391J 152
3-1622804-0 SIL08E334J 152
3-1622804-1 SIL08E470G 152
3-1622804-2 SIL08E471G 152
3-1622804-3 SIL08E472G 152
3-1622804-4 SIL08E472J 152
3-1622804-5 SIL08E473G 152
3-1622804-6 SIL08E474G 152
3-1622804-7 SIL08E561G 152
3-1622804-8 SIL08E562G 152
3-1622804-9 SIL08E680G 152
3-1622805-0 SIL08M224G 152
3-1622805-1 SIL08M271J 152
3-1622805-2 SIL08M272G 152
3-1622805-3 SIL08M273J 152
3-1622805-4 SIL08M330J 152
3-1622805-5 SIL08M331G 152
3-1622805-6 SIL08M331J 152
3-1622805-7 SIL08M332G 152
3-1622805-8 SIL08M332J 152
3-1622805-9 SIL08M333J 152
3-1622806-0 SIL09E332G 152
3-1622806-1 SIL09E332J 152
3-1622806-2 SIL09E333G 152
3-1622806-3 SIL09E334J 152
3-1622806-4 SIL09E391G 152
3-1622806-5 SIL09E391J 152
3-1622806-6 SIL09E393G 152
3-1622806-7 SIL09E470G 152
3-1622806-8 SIL09E471G 152
3-1622806-9 SIL09E471J 152
3-1622807-0 SIL10E681G 152
3-1622807-1 SIL10E682G 152
3-1622807-2 SIL10E821J 152
3-1622807-3 SIL10E822G 152
3-1622807-4 SIL10E272J 152
3-1622820-0 35202K0JT 132
3-1622820-1 35202K2JT 132
3-1622820-2 35202K7JT 132
3-1622820-3 35202R0JT 132
3-1622820-4 35202R2JT 132
3-1622820-5 35202R7JT 132
3-1622820-6 3520300RJT 132
3-1622820-7 3520330KJT 132
3-1622820-8 3520330RJT 132
3-1622820-9 352033KJT 132
3-1622821-0 CRL1220TR033FTD 33
3-1622821-1 CRL1220SR22FTD 33
3-1622821-2 CRL1220SR68FTD 33
3-1622821-3 CRL1220SR47FTD 33
3-1622825-0 RL73K2BR82JTD 32
3-1622825-1 RL73K2BR68JTD 32
3-1622825-2 RL73K2AR10GTD 32
3-1622825-3 RL73K2A1R0JTD 32
3-1622825-4 RL73K2A1R5JTD 32
3-1622825-5 RL73K2A2R2JTD 32
3-1622825-6 RL73K2A3R3JTD 32
3-1622825-7 RL73K2A4R7JTD 32
3-1622825-8 RL73K2A6R8JTD 32
3-1622825-9 RL73K2B1R5JTD 32
3-1622826-0 CRG0402J27R 130
3-1622826-1 CRG0402J2K2 130
3-1622826-2 CRG0402J2K7 130
3-1622826-3 CRG0402J330K 130
3-1622826-4 CRG0402J330R 130
3-1622826-5 CRG0402J33K 130
3-1622826-6 CRG0402J33R 130
3-1622826-7 CRG0402J390K 130
3-1622826-8 CRG0402J390R 130
3-1622826-9 CRG0402J39K 130
3-1622828-0 CRG0603F105R 130
3-1622830-0 CRG0603F10M 130
3-1622833-0 CRG0603F115R 130
3-1622837-0 CRG0603F124R 130
3-1622844-0 CRG0603F137K 130
3-1622850-0 CRG0603F14R7 130
3-1622852-0 CRG0603F158K 130
3-1622856-0 CRG0603F165K 130
3-1622857-0 CRG0603F16K9 130
3-1622859-0 CRG0603F17K4 130
3-1622861-0 CRG0603F187R 130
3-1622865-0 CRG0603F19K1 130

3-1622865-5 CRG0603F19K6 130
3-1622868-0 CRG0603F1K18 130
3-1622874-0 CRG0603F1K74 130
3-1622876-0 CRG0603F1K91 130
3-1622882-0 CRG0603F215K 130
3-1622885-0 CRG0603F226R 130
3-1622889-0 CRG0603F237R 130
3-1622892-0 CRG0603F249K 130
3-1622895-0 CRG0603F261K 130
3-1622895-5 CRG0603F261R 130
3-1622900-0 CRG0603F28R7 130
3-1622900-5 CRG0603F294K 130
3-1622901-0 CRG0603F2K15 130
3-1622906-0 CRG0603F2K61 130
3-1622912-0 CRG0603F309R 130
3-1622916-0 CRG0603F31R6 130
3-1622916-5 CRG0603F324K 130
3-1622923-0 CRG0603F348R 130
3-1622924-0 CRG0603F34R8 130
3-1622928-0 CRG0603F374R 130
3-1622929-0 CRG0603F38K3 130
3-1622941-0 CRG0603F3R0 130
3-1622941-3 CRG0603F3R3 130
3-1622941-4 CRG0603F3R9 130
3-1622942-0 CRG0603F422R 130
3-1622942-5 CRG0603F42K2 130
3-1622946-0 CRG0603F453K 130
3-1622946-5 CRG0603F453R 130
3-1622954-0 CRG0603F48K7 130
3-1622967-0 CRG0603F54K9 130
3-1622971-0 CRG0603F590R 130
3-1622971-5 CRG0603F59K 130
3-1622977-0 CRG0603F60K4 130
3-1622983-0 CRG0603F649R 130
3-1622989-0 CRG0603F6K04 130
3-1622993-0 CRG0603F71K5 130
3-1622997-0 CRG0603F78R7 130
3-1622997-5 CRG0603F7K15 130
3-1622998-0 CRG0603F806K 130
3-1623003-0 CRG0603F887R 130
3-1623003-5 CRG0603F8K06 130
3-1623012-0 CRG0603F976R 130
3-1623012-5 CRG0603F97K6 130
3-1623283-0 CRG0805F78K7 130
3-1623696-0 CRG2512J4R7 130
3-1623696-1 CRG2512J560R 130
3-1623696-2 CRG2512J5R6 130
3-1623696-3 CRG2512J62R 130
3-1623696-4 CRG2512J82R 130
3-1623696-5 CRG2512J8R2 130
3-1623696-6 CRG2512J2R2 130
3-1623696-7 CRG2512J390R 130
3-1623696-8 CRG2512J39R 130
3-1623696-9 CRG2512J56R 130
3-1623709-0 FCA41R0J 50
3-1623709-1 FCA4220RJ 50
3-1623709-2 FCA422RJ 50
3-1623709-3 FCA4270RJ 50
3-1623709-4 FCA42R2K 50
3-1623709-6 FCA4330RJ 50
3-1623709-7 FCA433RJ 50
3-1623709-8 FCA4470RJ 50
3-1623709-9 FCA447RJ 50
3-1623713-0 FCB23R3K 50
3-1623713-1 FCB2R22K 50
3-1623714-0 FCB456RJ 50
3-1623714-1 FCB45K6J 50
3-1623714-2 FCB468RJ 50
3-1623714-3 FCB46K8J 50
3-1623714-4 FCB46R8J 50
3-1623714-5 FCB4R10J 50
3-1623714-6 FCB4R33J 50
3-1623714-7 FCB4R47J 50
3-1623714-8 FCB4R68J 50
3-1623714-9 FCB4680RJ 50
3-1623724-0 SBCH44R7J 54
3-1623724-1 SBCH46K8J 54
3-1623724-2 SBCH46R8J 54
3-1623724-3 SBCH4R33J 54
3-1623724-4 SBCH4R47J 54
3-1623724-5 SBCH4R68J 54
3-1623728-0 SBCHE116R8K 54
3-1623728-2 SBCHE1139RJ 54
3-1623728-3 SBCHE11180RJ 54
3-1623728-4 SBCHE1118KJ 54
3-1623728-5 SBCHE1127RJ 54
3-1623728-6 SBCHE111R2K 54
3-1623729-0 SBCHE15R56K 54
3-1623730-0 SBCHE4R33J 54
3-1623730-1 SBCHE41R0J 54
3-1623730-2 SBCHE42K7J 54
3-1623730-3 SBCHE4270RJ 54
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3-1623730-4 SBCHE4510RJ 54
3-1623730-5 SBCHE4560RJ 54
3-1623732-0 SBCHE6330RJ 54
3-1623732-1 SBCHE633RJ 54
3-1623732-2 SBCHE6390RJ 54
3-1623732-3 SBCHE639RJ 54
3-1623732-4 SBCHE63K3J 54
3-1623732-5 SBCHE63K9J 54
3-1623732-6 SBCHE63R3K 54
3-1623732-7 SBCHE63R9K 54
3-1623732-8 SBCHE6470RJ 54
3-1623732-9 SBCHE647RJ 54
3-1623743-1 SBC82R2J 54
3-1623746-0 ER7439RJT 58
3-1623746-1 ER743K3JT 58
3-1623746-2 ER743K9JT 58
3-1623746-3 ER743R3JT 58
3-1623746-4 ER743R9JT 58
3-1623746-5 ER74470RJT 58
3-1623746-6 ER7447RJT 58
3-1623746-7 ER744K7JT 58
3-1623746-8 ER744R7JT 58
3-1623746-9 ER74510RJT 58
3-1623750-0 ER585R6JT 58
3-1623750-1 ER58680RJT 58
3-1623750-2 ER5868RJT 58
3-1623750-3 ER586K8JT 58
3-1623750-4 ER586R8JT 58
3-1623750-5 ER587R5JT 58
3-1623750-6 ER5882RJT 58
3-1623750-7 ER588R2DT 58
3-1623750-8 ER588R2JT 58
3-1623750-9 ER58R03KT 58
3-1623755-0 5930SA503JSR 242
3-1623771-0 C3A39RJT 56
3-1623771-1 C3A3K3JT 56
3-1623771-2 C3A3K9JT 56
3-1623771-3 C3A3R3JT 56
3-1623771-4 C3A470RJT 56
3-1623771-5 C3A47RJT 56
3-1623771-6 C3A4K7JT 56
3-1623771-7 C3A4R7JT 56
3-1623771-8 C3A510RJT 56
3-1623771-9 C3A560RJT 56
3-1623772-0 C727RJT 56
3-1623772-1 C7295RFT 56
3-1623772-2 C72K2JT 56
3-1623772-3 C72R2GT 56
3-1623772-4 C72R2JT 56
3-1623772-5 C72R7JT 56
3-1623772-6 C7300RJT 56
3-1623772-7 C7307RGT 56
3-1623772-8 C7320RGT 56
3-1623772-9 C7330RJT 56
3-1623773-0 C1068RJL 56
3-1623773-1 C106K8JL 56
3-1623773-2 C106R8JL 56
3-1623773-3 C10R47JL 56
3-1623773-4 C10R68JL 56
3-1623773-5 C107K5JL 56
3-1623773-6 C10560RJL 56
3-1623773-7 C10R22JL 56
3-1623773-8 C1075RJL 56
3-1623773-9 C1091RJL 56
3-1623774-0 C1433RJL 56
3-1623774-1 C143K3JL 56
3-1623774-2 C143R3JL 56
3-1623774-3 C14470RJL 56
3-1623774-4 C1447KJL 56
3-1623774-5 C144K7JL 56
3-1623774-6 C144R7JL 56
3-1623774-7 C1468KJL 56
3-1623774-8 C1468RJL 56
3-1623774-9 C146K8JL 56
3-1623788-0 SQMW5R68J 51
3-1623788-1 SQMW5R05J 51
3-1623788-2 SQMW556RJ 51
3-1623789-2 SQMW7330RJ 51
3-1623795-0 SQPW51R0J 51
3-1623795-1 SQPW522RJ 51
3-1623795-2 SQPW527RJ 51
3-1623795-3 SQPW52R2J 51
3-1623795-4 SQPW533RJ 51
3-1623795-5 SQPW53R3J 51
3-1623795-6 SQPW547RJ 51
3-1623795-7 SQPW54R7J 51
3-1623795-8 SQPW568RJ 51
3-1623795-9 SQPW56R8J 51
3-1623809-0 MPR20C75RF 80
3-1623809-1 MPR20C75RJ 80
3-1623809-2 MPR20C20RF 80
3-1623809-3 MPR20A6R8J 80

3-1623809-4 MPR20A2R7J 80
3-1623809-5 MPR20H47RJ 80
3-1623809-6 MPR20C200RJ 80
3-1623817-0 BDS2A60015KG 78
3-1623817-1 BDS2A60015KK 78
3-1623817-2 BDS2A600100RJ 78
3-1623925-1 CFR100J330R 140
3-1623925-2 CFR100J33K 140
3-1623925-3 CFR100J33R 140
3-1623925-4 CFR100J390R 140
3-1623925-5 CFR100J3K3 140
3-1623925-6 CFR100J3K9 140
3-1623925-7 CFR100J3R3 140
3-1623925-8 CFR100J470K 140
3-1623925-9 CFR100J470R 140
3-1623927-0 CFR16J1K8 140
3-1623927-1 CFR16J1M0 140
3-1623927-3 CFR16J1M2 140
3-1623927-6 CFR16J1M5 140
3-1623927-7 CFR16J1M8 140
3-1623927-9 CFR16J1R0 140
3-1623928-0 CFR16J4R7 140
3-1623928-1 CFR16J51K 140
3-1623928-2 CFR16J560K 140
3-1623928-3 CFR16J560R 140
3-1623928-4 CFR16J56K 140
3-1623928-6 CFR16J56R 140
3-1623928-7 CFR16J5K1 140
3-1623928-8 CFR16J5K6 140
3-1623929-0 CFR200J33K 140
3-1623929-1 CFR200J33R 140
3-1623929-4 CFR200J390R 140
3-1623929-5 CFR200J39K 140
3-1623929-7 CFR200J3K3 140
3-1623929-8 CFR200J3K9 140
3-1623929-9 CFR200J470K 140
3-1623930-0 CFR25J1K1 140
3-1623930-1 CFR25J1K2 140
3-1623930-2 CFR25J1K3 140
3-1623930-3 CFR25J1K5 140
3-1623930-4 CFR25J1K8 140
3-1623930-5 CFR25J1M0 140
3-1623930-6 CFR25J1M2 140
3-1623930-8 CFR25J1M5 140
3-1623931-0 CFR25J430K 140
3-1623931-1 CFR25J430R 140
3-1623931-2 CFR25J43R 140
3-1623931-3 CFR25J470K 140
3-1623931-4 CFR25J470R 140
3-1623931-5 CFR25J47K 140
3-1623931-7 CFR25J47R 140
3-1623931-8 CFR25J4K7 140
3-1623932-0 CFR50J180K 140
3-1623932-1 CFR50J180R 140
3-1623932-2 CFR50J18K 140
3-1623932-4 CFR50J18R 140
3-1623932-6 CFR50J1K0 140
3-1623932-7 CFR50J1K0/S 140
3-1623932-8 CFR50J1K1 140
3-1623932-9 CFR50J1K2 140
3-1623933-0 CFR50J470R 140
3-1623933-1 CFR50J47K 140
3-1623933-2 CFR50J47R 140
3-1623933-3 CFR50J4K3 140
3-1623933-4 CFR50J4K7 140
3-1623933-5 CFR50J4M7 140
3-1623933-6 CFR50J4R7 140
3-1623933-7 CFR50J510R 140
3-1623933-8 CFR50J51K 140
3-1623933-9 CFR50J51R 140
3-1624200-0 RW3101KC 240
3-1624200-1 RW3102KC 240
3-1624200-2 RW3102KD 240
3-1624200-3 RW3103KC 240
3-1624200-4 RW3103KD 240
3-1624200-5 RW3202KC 240
3-1624200-6 RW3202KD 240
3-1624200-7 RW3251KC 240
3-1624200-8 RW3252KC 240
3-1624200-9 RW3252KD 240
3-1624236-1 ES6W1K0J 147
3-1624236-2 ES6W2R7J 147
3-1624246-0 RSS339KJTB 146
3-1624246-1 RSS339RJTB 146
3-1624246-2 RSS33K3JTB 146
3-1624246-3 RSS33K9JTB 146
3-1624246-4 RSS3470RJTB 146
3-1624246-5 RSS347KJTB 146
3-1624246-6 RSS347RJTB 146
3-1624246-7 RSS34K7JTB 146
3-1624246-8 RSS3560RJTB 146
3-1624246-9 RSS356KJTB 146

3-1625876-0 CBT50J200K 149
3-1625885-0 ROX1SJ18R 144
3-1625885-1 ROX1SJ1K0 144
3-1625885-2 ROX1SJ1K2 144
3-1625885-4 ROX1SJ1K5 144
3-1625885-5 ROX1SJ1K8 144
3-1625885-6 ROX1SJ1M0 144
3-1625885-8 ROX1SJ1R0 144
3-1625885-9 ROX1SJ1R2 144
3-1625886-0 ROX1SJ5R6 144
3-1625886-1 ROX1SJ680K 144
3-1625886-3 ROX1SJ680R 144
3-1625886-4 ROX1SJ68K 144
3-1625886-6 ROX1SJ68R 144
3-1625886-7 ROX1SJ6K8 144
3-1625886-9 ROX1SJ6R8 144
3-1625890-0 ROX2SJ220K 144
3-1625890-1 ROX2SJ220R 144
3-1625890-2 ROX2SJ22K 144
3-1625890-3 ROX2SJ22R 144
3-1625890-4 ROX2SJ270K 144
3-1625890-5 ROX2SJ270R 144
3-1625890-6 ROX2SJ27K 144
3-1625890-7 ROX2SJ27R 144
3-1625890-8 ROX2SJ2K2 144
3-1625890-9 ROX2SJ2R2 144
3-1625892-0 ROX3SJ220K 144
3-1625892-1 ROX3SJ220R 144
3-1625892-2 ROX3SJ22K 144
3-1625892-3 ROX3SJ22R 144
3-1625892-4 ROX3SJ270R 144
3-1625892-5 ROX3SJ27K 144
3-1625892-6 ROX3SJ27R 144
3-1625892-7 ROX3SJ2K2 144
3-1625892-8 ROX3SJ2K7 144
3-1625892-9 ROX3SJ2R2 144
3-1625930-0 MC1-4K7-10%-20MM-SL 239
3-1625930-1 MC1-1K-10%-7/8"-FL 239
3-1625930-2 MC1-1K-10%-25MM-PL 239
3-1625930-3 MC1-4K7-10%-25MM-PL 239
3-1625931-0 MCU-4K7-10%-1"-PL 239
3-1625931-1 MCU-10K-10%-1"-PL 239
3-1625931-2 MCU-22K-10%-1"-PL 239
3-1625931-3 MCU-47K-10%-1"-PL 239
3-1625931-4 MCU-220K-10%-1"-PL 239
3-1625931-5 MCU-1M-10%-1"-PL 239
3-1625931-6 MCU-10R-10%-1"-PL 239
3-1625931-7 MCU-22R-10%-1"PL 239
3-1625931-8 MCU-47R-10%-1"-PL 239
3-1625931-9 MCU-220R-10%-1"-PL 239
3-1625932-1 LC1-1K-20%-22MM-SL 238
3-1625932-2 LC1-100R-20%-16MM-PL 238
3-1625932-3 LC1-1K-20%-16MM-PL 238
3-1625958-0 HB1400MFZAS 114
3-1625958-1 HB1400MFZRE 114
3-1625958-2 HB1400MFZRS 114
3-1625958-3 HB1500KFZRE 114
3-1625958-4 HB1500MFZRE 114
3-1625958-5 HB150KFZRE 114
3-1625958-6 HB150KJZRE 114
3-1625958-7 HB150MFZRE 114
3-1625958-8 HB15M0FZRE 114
3-1625958-9 HB15M0JZRE 114
3-1625959-0 HB35M0JRZE 114
3-1625959-1 HB31M0JZAE 114
3-1625963-1 HSA533RJ 60
3-1625963-2 HSA539RJ 60
3-1625963-3 HSA53R9J 60
3-1625963-4 HSA5470RF 60
3-1625963-5 HSA5470RJ 60
3-1625963-7 HSA5510RG 60
3-1625963-9 HSA55R0F 60
3-1625966-1 HSA1039RJ 60
3-1625966-4 HSA103R9E 60
3-1625966-5 HSA103R9J 60
3-1625966-8 HSA104R7J 60
3-1625966-9 HSA105R0J 60
3-1625971-0 HSA2527RE 60
3-1625971-1 HSA2527RJ 60
3-1625971-2 HSA252K4J 60
3-1625971-3 HSA252R2J 60
3-1625971-4 HSA252R5F 60
3-1625971-5 HSA252R7J 60
3-1625971-6 HSA25330RJ 60
3-1625971-7 HSA25332RF 60
3-1625971-8 HSA2533KJ 60
3-1625984-0 HSA50220RJ 60
3-1625984-2 HSA5022KJ 60
3-1625984-3 HSA5022RJ 60
3-1625984-4 HSA5024KJ 60
3-1625984-5 HSA5024RJ 60
3-1625984-6 HSA50270RE 60

3-1625984-7 HSA50270RJ 60
3-1625984-9 HSA5027RJ 60
3-1625985-0 NHSA50247RF 60
3-1625985-1 NHSA5051RF 60
3-1625985-2 NHSA50614RF 60
3-1625985-3 NHSA50270RF 60
3-1625985-4 NHSA5025RJ 60
3-1625985-5 NHSA509R1F 60
3-1625985-9 NHSA50369RF 60
3-1625999-0 HSC10039RJ 60
3-1625999-1 HSC1003K3J 60
3-1625999-2 HSC1003R0J 60
3-1625999-3 HSC1003R3J 60
3-1625999-4 HSC100470RJ 60
3-1625999-5 HSC10047KJ 60
3-1625999-6 HSC10047RJ 60
3-1625999-7 HSC1004K7J 60
3-1625999-8 HSC1004R2F 60
3-1625999-9 HSC1004R3J 60
3-1630019-0 HSC20015KJ 60
3-1630019-1 HSC2001K8J 60
3-1630019-2 HSC2002R7J 60
3-1630019-3 HSC2006R0J 60
3-1630019-4 HSC200R13J 60
3-1630019-5 HSC200R261J 60
3-1630019-6 HSC2004R7J 60
3-1630019-7 HSC20082RJ 60
3-1630019-8 HSC200R14J 60
3-1630019-9 HSC20015KE 60
3-1630027-0 HSC3003R2J 60
3-1630027-1 HSC3003R6J 60
3-1630027-2 HSC30012R8J 60
3-1630027-3 HSC30014R4J 60
3-1630027-4 HSC150R10J 60
3-1630027-5 HSC3003R3G 60
3-1630186-0 HSA5056RE 60
3-1630186-1 HSA50180RE 60
3-1630186-2 HSA5010KE 60
3-1630186-3 HSA5015KE 60
3-1630186-4 HSA50R047J 60
3-1630186-5 HSA50620RJ 60
3-1630186-6 HSA5014RJ 60
3-1630186-7 HSA50330RG 60
3-1630186-8 HSA504R7E 60
3-1630186-9 HSA50360RJ 60
3-1630477-0 H4P82KFCAR 17
3-1630477-1 H4P8K2FCAR 17
3-1630477-2 H4P390RFCAR 17
3-1630477-3 H4P470KFDAR 17
3-1630477-4 H4P1K0BYAR 17
3-1630477-5 H4P50RFZAR 17
3-1630477-6 H4P100KDZAR 17
3-1630477-7 H4P10RDZAR 17
3-1630477-8 H4P150KDZAR 17
3-1630477-9 H4P150RDZAR 17
3-1630481-0 CB10MV475N 202
3-1630481-1 CB10MV475NE 202
3-1630481-2 CB10MV103KE 202
3-1676003-0 CP16SH10IP6473B 224
3-1676003-1 CP16SH10IP6473BI 224
3-1676003-2 CP16SH10IP6473I 224
3-1676003-3 CP16SH10IP6474B 224
3-1676003-4 CP16SH10IP6474BI 224
3-1676003-5 CP16SH10IP6474I 224
3-1676480-0 CRG0402F200K 130
3-1676480-1 CRG0402F200R 130
3-1676480-2 CRG0402F20K 130
3-1676480-3 CRG0402F220K 130
3-1676480-4 CRG0402F220R 130
3-1676480-5 CRG0402F22K 130
3-1676480-6 CRG0402F240K 130
3-1676480-7 CRG0402F240R 130
3-1676480-8 CRG0402F24K 130
3-1676480-9 CRG0402F270K 130
3-1676845-0 H4P43R2FCAR 17
3-1676845-1 H4P470KFCAR 17
3-1676845-2 H4P47KFCAR 17
3-1676845-3 H4P4K3FCAR 17
3-1676845-4 H4P500RFCAR 17
3-1676845-5 H4P51KFCAR 17
3-1676845-6 H4P560RFCAR 17
3-1676845-7 H4P56KFCAR 17
3-1676845-8 H4P5K1FCAR 17
3-1676845-9 H4P5K6FCAR 17
3-1676913-0 YR1B20KCC 21
3-1676913-1 YR1B210RCC 21
3-1676913-2 YR1B215KCC 21
3-1676913-3 YR1B215RCC 21
3-1676913-4 YR1B21K5CC 21
3-1676913-5 YR1B21KCC 21
3-1676913-6 YR1B221KCC 21
3-1676913-7 YR1B221RCC 21
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3-1676913-8 YR1B226KCC 21
3-1676913-9 YR1B226RCC 21
3-1676914-0 YR1B432RCC 21
3-1676914-1 YR1B442RCC 21
3-1676914-2 YR1B44K2CC 21
3-1676914-3 YR1B453RCC 21
3-1676914-4 YR1B45K3CC 21
3-1676914-5 YR1B464RCC 21
3-1676914-6 YR1B475KCC 21
3-1676914-7 YR1B47K5CC 21
3-1676914-8 YR1B487RCC 21
3-1676914-9 YR1B48K7CC 21
3-1676915-0 YR1B887RCC 21
3-1676915-1 YR1B88K7CC 21
3-1676915-2 YR1B8K06CC 21
3-1676915-3 YR1B8K25CC 21
3-1676915-4 YR1B8K45CC 21
3-1676915-5 YR1B8K66CC 21
3-1676915-6 YR1B8K87CC 21
3-1676915-7 YR1B909KCC 21
3-1676915-8 YR1B909RCC 21
3-1676915-9 YR1B90K9CC 21
3-1676966-1 SMW21R8JT 45
3-1676966-3 SMW22R2JT 45
3-1676966-5 SMW22R7JT 45
3-1676966-7 SMW23R3JT 45
3-1676966-9 SMW23R9JT 45
3-1676970-0 RN73C1J73K2BTG 6
3-1676970-1 RN73C1J75KBTG 6
3-1676970-2 RN73C1J76K8BTG 6
3-1676970-3 RN73C1J78K7BTG 6
3-1676970-9 RN73C1J82K5BTG 6
3-1879011-1 SMF23K9JT 45
3-1879011-3 SMF24K7JT 45
3-1879011-5 SMF25K6JT 45
3-1879011-7 SMF26K8JT 45
3-1879011-9 SMF28K2JT 45
3-1879021-1 SMW31R8JT 45
3-1879021-3 SMW32R2JT 45
3-1879021-5 SMW32R7JT 45
3-1879021-7 SMW33R3JT 45
3-1879021-9 SMW33R9JT 45
3-1879022-1 SMF35K6JT 45
3-1879022-3 SMF36K8JT 45
3-1879022-5 SMF38K2JT 45
3-1879022-7 SMF310KJT 45
3-1879022-9 SMF312KJT 45
3-1879026-0 YR1B19R6CC 21
3-1879026-1 YR1B20R5CC 21
3-1879026-2 YR1B20RCC 21
3-1879026-3 YR1B21R5CC 21
3-1879026-4 YR1B21RCC 21
3-1879026-5 YR1B22R1CC 21
3-1879026-6 YR1B22R6CC 21
3-1879026-7 YR1B23R2CC 21
3-1879026-8 YR1B23R7CC 21
3-1879026-9 YR1B24R3CC 21
3-1879027-0 YR1B931KCC 21
3-1879027-1 YR1B93R1CC 21
3-1879027-2 YR1B953KCC 21
3-1879027-3 YR1B976KCC 21
3-1879027-4 YR1B97R6CC 21
3-1879028-0 RN73C2A6R19BTG 6
3-1879028-1 RN73C2A6R34BTG 6
3-1879028-2 RN73C2A6R49BTG 6
3-1879028-3 RN73C2A6R65BTG 6
3-1879028-4 RN73C2A6R81BTG 6
3-1879028-5 RN73C2A6R98BTG 6
3-1879028-6 RN73C2A7R15BTG 6
3-1879028-7 RN73C2A7R32BTG 6
3-1879028-8 RN73C2A7R5BTG 6
3-1879028-9 RN73C2A7R68BTG 6
3-1879032-0 H4P33K2FCAR 17
3-1879032-1 H4P33R2FCAR 17
3-1879032-2 H4P360RFCAR 17
3-1879032-3 H4P36K5FCAR 17
3-1879032-4 H4P390KFCAR 17
3-1879032-5 H4P39K2FCAR 17
3-1879032-6 H4P39RFCAR 17
3-1879032-7 H4P3K01FCAR 17
3-1879032-8 H4P3K32FCAR 17
3-1879032-9 H4P3K65FCAR 17
4-1613454-0 H4P1K6FZAR 17
4-1613454-1 H4P1K8FZAR 17
4-1613454-2 H4P1M0FZAR 17
4-1613454-3 H4P1M2FZAR 17
4-1613454-4 H4P1M5FZAR 17
4-1613454-5 H4P1M8FZAR 17
4-1613454-6 H4P20RFZAR 17
4-1613454-7 H4P220KFZAR 17
4-1613454-8 H4P220RFZAR 17
4-1613454-9 H4P22KFZAR 17

4-1613471-0 H8101K4BCBR 17
4-1614349-0 RN73C1J191KBTG 6
4-1614349-1 RN73C1J196KBTG 6
4-1614349-2 RN73C1J10KBTDF 6
4-1614349-3 RN73C1J100RBTDF 6
4-1614350-0 RN73C1J14R3BTG 6
4-1614350-1 RN73C1J14R7BTG 6
4-1614350-2 RN73C1J14RBTG 6
4-1614350-3 RN73C1J150RBTG 6
4-1614350-4 RN73C1J154RBTG 6
4-1614350-5 RN73C1J158RBTG 6
4-1614350-6 RN73C1J15K4BTG 6
4-1614350-7 RN73C1J15K8BTG 6
4-1614350-8 RN73C1J15KBTG 6
4-1614350-9 RN73C1J15R4BTG 6
4-1614352-0 RN73C1J27R4BTG 6
4-1614352-1 RN73C1J280RBTG 6
4-1614352-2 RN73C1J287RBTG 6
4-1614352-3 RN73C1J28K7BTG 6
4-1614352-4 RN73C1J28KBTG 6
4-1614352-5 RN73C1J28R7BTG 6
4-1614352-6 RN73C1J28RBTG 6
4-1614352-7 RN73C1J294RBTG 6
4-1614352-8 RN73C1J29K4BTG 6
4-1614352-9 RN73C1J29R4BTG 6
4-1614353-0 RN73C1J36R5BTG 6
4-1614353-1 RN73C1J374RBTG 6
4-1614353-2 RN73C1J37K4BTG 6
4-1614353-3 RN73C1J37R4BTG 6
4-1614353-4 RN73C1J383RBTG 6
4-1614353-5 RN73C1J38K3BTG 6
4-1614353-6 RN73C1J38R3BTG 6
4-1614353-7 RN73C1J392RBTG 6
4-1614353-8 RN73C1J39K2BTG 6
4-1614353-9 RN73C1J39R2BTG 6
4-1614354-0 RN73C1J66R5BTG 6
4-1614354-1 RN73C1J681RBTG 6
4-1614354-2 RN73C1J68R1BTG 6
4-1614354-3 RN73C1J698RBTG 6
4-1614354-4 RN73C1J69R8BTG 6
4-1614354-5 RN73C1J6K04BTG 6
4-1614354-6 RN73C1J6K19BTG 6
4-1614354-7 RN73C1J6K34BTG 6
4-1614354-8 RN73C1J6K49BTG 6
4-1614354-9 RN73C1J6K65BTG 6
4-1614770-0 BDS2A25082KG 76
4-1614770-1 BDS2A25088RF 76
4-1614770-2 BDS2A25088RK 76
4-1614770-3 BDS2A2508K2K 76
4-1614770-4 BDS4B2501R0K 76
4-1614770-5 BDS4B250R47K 76
4-1614770-6 BDS2A2507KK 76
4-1614770-7 BDS2A2502K2K 76
4-1614770-8 BDS2A2501M0J 76
4-1614770-9 BDS2A250220RJ 76
4-1614928-0 CPF0805B3K32E 10
4-1614928-1 CPF0805B3K32E1 10
4-1622796-0 YR1B93K1CC 21
4-1622796-1 YR1B95K3CC 21
4-1622796-2 YR1B97K6CC 21
4-1622796-3 YR1B121KCC 21
4-1622796-4 YR1B71K5CC 21
4-1622796-5 YR1B73K2CC 21
4-1622796-6 YR1B82K5CC 21
4-1622796-7 YR1B113KCC 21
4-1622796-8 YR1B13K3CC 21
4-1622796-9 YR1B1K33CC 21
4-1622804-0 SIL08E681G 152
4-1622804-1 SIL08E681J 152
4-1622804-2 SIL08E683G 152
4-1622804-3 SIL08E821G 152
4-1622804-4 SIL08E222J 152
4-1622804-5 SIL08E105J 152
4-1622804-6 SIL08E471J 152
4-1622804-7 SIL08E821J 152
4-1622805-0 SIL08M334G 152
4-1622805-1 SIL08M334J 152
4-1622805-2 SIL08M391J 152
4-1622805-3 SIL08M393J 152
4-1622805-4 SIL08M470G 152
4-1622805-5 SIL08M470J 152
4-1622805-6 SIL08M471G 152
4-1622805-7 SIL08M471J 152
4-1622805-8 SIL08M472G 152
4-1622805-9 SIL08M472J 152
4-1622806-0 SIL09E472G 152
4-1622806-1 SIL09E472J 152
4-1622806-2 SIL09E473J 152
4-1622806-3 SIL09E474G 152
4-1622806-4 SIL09E474J 152
4-1622806-5 SIL09E512J 152
4-1622806-6 SIL09E561J 152

4-1622806-7 SIL09E562J 152
4-1622806-8 SIL09E622J 152
4-1622806-9 SIL09E680G 152
4-1622820-0 352033RJT 132
4-1622820-1 3520390RJT 132
4-1622820-2 352039KJT 132
4-1622820-3 352039RJT 132
4-1622820-4 35203K3JT 132
4-1622820-5 35203R3JT 132
4-1622820-6 35203R9JT 132
4-1622820-7 3520470KJT 132
4-1622820-8 3520470RJT 132
4-1622820-9 352047KJT 132
4-1622825-0 RL73K2B1R8JTD 32
4-1622825-1 RL73K3AR10JTE 32
4-1622825-2 RL73K3AR12JTE 32
4-1622825-3 RL73K3AR15JTE 32
4-1622825-4 RL73K3AR18JTE 32
4-1622825-5 RL73K3AR22JTE 32
4-1622825-6 RL73K3AR27JTE 32
4-1622825-7 RL73K3AR33JTE 32
4-1622825-8 RL73K3AR39JTE 32
4-1622825-9 RL73K3AR47JTE 32
4-1622826-0 CRG0402J39R 130
4-1622826-1 CRG0402J3K3 130
4-1622826-2 CRG0402J3K9 130
4-1622826-3 CRG0402J470K 130
4-1622826-4 CRG0402J470R 130
4-1622826-5 CRG0402J47K 130
4-1622826-6 CRG0402J47R 130
4-1622826-7 CRG0402J4K7 130
4-1622826-8 CRG0402J560K 130
4-1622826-9 CRG0402J560R 130
4-1622833-0 CRG0603F118K 130
4-1622837-0 CRG0603F127K 130
4-1622844-0 CRG0603F137R 130
4-1622852-0 CRG0603F158R 130
4-1622856-0 CRG0603F165R 130
4-1622859-0 CRG0603F17R6 130
4-1622865-0 CRG0603F19R6 130
4-1622876-0 CRG0603F1K96 130
4-1622882-0 CRG0603F215R 130
4-1622889-0 CRG0603F237K 130
4-1622892-0 CRG0603F249R 130
4-1622895-0 CRG0603F267K 130
4-1622895-5 CRG0603F267R 130
4-1622900-0 CRG0603F29K4 130
4-1622906-0 CRG0603F2K67 130
4-1622916-0 CRG0603F324R 130
4-1622924-0 CRG0603F357R 130
4-1622929-0 CRG0603F38R3 130
4-1622942-0 CRG0603F42R2 130
4-1622946-0 CRG0603F45K3 130
4-1622946-5 CRG0603F45R3 130
4-1622954-0 CRG0603F48R7 130
4-1622971-0 CRG0603F59R 130
4-1622977-0 CRG0603F60R4 130
4-1622983-0 CRG0603F64K9 130
4-1622989-0 CRG0603F6K19 130
4-1622993-0 CRG0603F71R5 130
4-1622998-0 CRG0603F806R 130
4-1623012-0 CRG0603F97R6 130
4-1623696-0 CRG2512ZR 130
4-1623696-1 CRG2512F10R 130
4-1623696-2 CRG2512F332R 130
4-1623696-3 CRG2512F392R 130
4-1623696-4 CRG2512F18R 130
4-1623696-5 CRG2512F4R7 130
4-1623709-0 FCA45R6J 50
4-1623709-1 FCA46R8J 50
4-1623709-2 FCA48R2J 50
4-1623709-3 FCA4R22J 50
4-1623709-4 FCA4R47J 50
4-1623709-5 FCA4R47K 50
4-1623709-6 FCA46K8J 50
4-1623709-7 FCA4390RJ 50
4-1623709-8 FCA41K2J 50
4-1623709-9 FCA43K3J 50
4-1623714-0 FCB41R0K 50
4-1623714-1 FCB42R2K 50
4-1623714-2 FCB43R3K 50
4-1623714-4 FCB4R33K 50
4-1623714-5 FCB4R47K 50
4-1623714-6 FCB4R68K 50
4-1623714-7 FCB43K9J 50
4-1623714-8 FCB43R9J 50
4-1623714-9 FCB439RJ 50
4-1623732-0 SBCHE64K7J 54
4-1623732-1 SBCHE64R7K 54
4-1623732-2 SBCHE6560RJ 54
4-1623732-3 SBCHE656RJ 54
4-1623732-4 SBCHE65K6J 54

4-1623732-5 SBCHE65R6J 54
4-1623732-7 SBCHE6680RJ 54
4-1623732-8 SBCHE668RJ 54
4-1623732-9 SBCHE66K2J 54
4-1623746-0 ER7451RJT 58
4-1623746-1 ER74560RJT 58
4-1623746-2 ER7456RJT 58
4-1623746-3 ER745K6JT 58
4-1623746-4 ER745R0JT 58
4-1623746-5 ER745R6JT 58
4-1623746-6 ER74680RJT 58
4-1623746-7 ER7468RJT 58
4-1623746-8 ER746K8JT 58
4-1623746-9 ER746R8JT 58
4-1623750-0 ER58R05JT 58
4-1623750-1 ER58R07KT 58
4-1623750-2 ER58R10FT 58
4-1623750-3 ER58R10JT 58
4-1623750-4 ER58R11JT 58
4-1623750-5 ER58R15JT 58
4-1623750-6 ER58R18JT 58
4-1623750-7 ER58R22JT 58
4-1623750-8 ER58R33JT 58
4-1623750-9 ER58R47JT 58
4-1623771-0 C3A56RGT 56
4-1623771-1 C3A56RJT 56
4-1623771-2 C3A5K6JT 56
4-1623771-3 C3A5R6JT 56
4-1623771-4 C3A680RJT 56
4-1623771-5 C3A68RJT 56
4-1623771-6 C3A6K8JT 56
4-1623771-7 C3A6R8JT 56
4-1623771-8 C3A75RJT 56
4-1623771-9 C3A82RJT 56
4-1623772-0 C733KJT 56
4-1623772-1 C733RJT 56
4-1623772-2 C7390RJT 56
4-1623772-3 C739RJT 56
4-1623772-4 C73K3JT 56
4-1623772-5 C73K9JT 56
4-1623772-6 C73R3JT 56
4-1623772-7 C73R9JT 56
4-1623772-9 C7470RJR 56
4-1623773-0 C107K3JL 56
4-1623774-0 C146R8JL 56
4-1623774-1 C14R47JL 56
4-1623774-2 C14R68JL 56
4-1623774-3 C14270RJL 56
4-1623795-0 SQPW5R01J 51
4-1623795-1 SQPW5R022J 51
4-1623795-2 SQPW5R033J 51
4-1623795-3 SQPW5R047J 51
4-1623795-4 SQPW5R10J 51
4-1623795-5 SQPW5R22J 51
4-1623795-6 SQPW5R33J 51
4-1623795-7 SQPW5R47J 51
4-1623795-8 SQPW5R68J 51
4-1623795-9 SQPW7100RJ 51
4-1623925-0 CFR100J47K 140
4-1623925-1 CFR100J47R 140
4-1623925-2 CFR100J4K7 140
4-1623925-3 CFR100J560K 140
4-1623925-4 CFR100J560R 140
4-1623925-5 CFR100J56K 140
4-1623925-6 CFR100J680K 140
4-1623925-7 CFR100J680R 140
4-1623925-8 CFR100J68K 140
4-1623925-9 CFR100J68R 140
4-1623927-1 CFR16J1R2 140
4-1623927-2 CFR16J1R5 140
4-1623927-3 CFR16J1R8 140
4-1623927-4 CFR16J200K 140
4-1623927-5 CFR16J200R 140
4-1623927-6 CFR16J20K 140
4-1623927-8 CFR16J220K 140
4-1623927-9 CFR16J220R 140
4-1623928-0 CFR16J5R6 140
4-1623928-1 CFR16J680K 140
4-1623928-2 CFR16J680R 140
4-1623928-4 CFR16J68K 140
4-1623928-5 CFR16J68R 140
4-1623928-6 CFR16J6K2 140
4-1623928-8 CFR16J6K8 140
4-1623928-9 CFR16J6R8 140
4-1623929-0 CFR200J470R 140
4-1623929-1 CFR200J47K 140
4-1623929-2 CFR200J47R 140
4-1623929-3 CFR200J4K7 140
4-1623929-4 CFR200J4R7 140
4-1623929-5 CFR200J560R 140
4-1623929-6 CFR200J56K 140
4-1623929-7 CFR200J56R 140



Part Number Index

Tyco Part Number to Brand Part Number Cross Reference *

Literature No. 1773442-9
Issued: 06-06

Dimensions are shown for
reference purposes only.

Dimensions are in millimetres
unless otherwise specified. 

Specifications subject to
change.

www.tycoelectronics.com
passives.tycoelectronics.com

334

Tyco Brand Page
Part No. Part No. No.

Tyco Brand Page
Part No. Part No. No.

Tyco Brand Page
Part No. Part No. No.

Tyco Brand Page
Part No. Part No. No.

* Please contact your Sales Representative for parts not listed

4-1623929-8 CFR200J680K 140
4-1623929-9 CFR200J680R 140
4-1623930-0 CFR25J1M8 140
4-1623930-1 CFR25J1R0 140
4-1623930-2 CFR25J1R2 140
4-1623930-4 CFR25J1R3 140
4-1623930-5 CFR25J1R5 140
4-1623930-7 CFR25J1R8 140
4-1623930-8 CFR25J200K 140
4-1623930-9 CFR25J200R 140
4-1623931-0 CFR25J4M7 140
4-1623931-1 CFR25J4R7 140
4-1623931-2 CFR25J510K 140
4-1623931-3 CFR25J510R 140
4-1623931-4 CFR25J51K 140
4-1623931-5 CFR25J51R 140
4-1623931-6 CFR25J560K 140
4-1623931-7 CFR25J560R 140
4-1623931-8 CFR25J56K 140
4-1623931-9 CFR25J56R 140
4-1623932-1 CFR50J1K3 140
4-1623932-2 CFR50J1K5 140
4-1623932-3 CFR50J1K6 140
4-1623932-4 CFR50J1K8 140
4-1623932-5 CFR50J1M0 140
4-1623932-6 CFR50J1M2 140
4-1623932-7 CFR50J1M5 140
4-1623932-8 CFR50J1M8 140
4-1623933-0 CFR50J560K 140
4-1623933-2 CFR50J560R 140
4-1623933-3 CFR50J56K 140
4-1623933-4 CFR50J56K/S 140
4-1623933-5 CFR50J56R 140
4-1623933-6 CFR50J56R/S 140
4-1623933-7 CFR50J5K6 140
4-1623933-8 CFR50J5M6 140
4-1623933-9 CFR50J5R1 140
4-1624200-0 RW3253KC 240
4-1624200-1 RW3253KD 240
4-1624200-2 RW3500KC 240
4-1624200-3 RW3501KC 240
4-1624200-4 RW3502KC 240
4-1624200-5 RW3502KD 240
4-1624200-6 RW3503KC 240
4-1624200-7 RW3503KD 240
4-1624200-8 RW3101KD 240
4-1624200-9 RW3104KD 240
4-1624246-0 RSS356RJTB 146
4-1624246-1 RSS35K6JTB 146
4-1624246-2 RSS3620RGTB 146
4-1624246-3 RSS3680RGTB 146
4-1624246-4 RSS3680RJTB 146
4-1624246-5 RSS368RJTB 146
4-1624246-6 RSS36K8JTB 146
4-1624246-7 RSS3820RJTB 146
4-1624246-8 RSS382RJTB 146
4-1624246-9 RSS38K2JTB 146
4-1625826-1 TL2BR015FTE 26
4-1625826-2 TL2BR018FTE 26
4-1625826-3 TL2BR01FTE 26
4-1625826-4 TL2BR022FTE 26
4-1625826-5 TL2BR033FTE 26
4-1625826-6 TL2BR047FTE 26
4-1625826-8 TL2BR068FTE 26
4-1625826-9 TL2BR09FTE 26
4-1625827-0 TL3AR005FTDG 26
4-1625827-1 TL3AR015FTDG 26
4-1625827-2 TL3AR018FTDG 26
4-1625827-3 TL3AR01FTDG 26
4-1625827-4 TL3AR022FTDG 26
4-1625827-5 TL3AR033FTDG 26
4-1625827-6 TL3AR047FTDG 26
4-1625827-7 TL3AR051FTDG 26
4-1625827-8 TL3AR068FTDG 26
4-1625827-9 TL3AR075FTDG 26
4-1625885-0 ROX1SJ1R5 144
4-1625885-1 ROX1SJ1R8 144
4-1625885-3 ROX1SJ220K 144
4-1625885-4 ROX1SJ220R 144
4-1625885-6 ROX1SJ22K 144
4-1625885-7 ROX1SJ22R 144
4-1625885-9 ROX1SJ270K 144
4-1625886-0 ROX1SJ75R 144
4-1625886-1 ROX1SJ820K 144
4-1625886-2 ROX1SJ820R 144
4-1625886-4 ROX1SJ82R 144
4-1625886-5 ROX1SJ8K2 144
4-1625886-6 ROX1SJ8R2 144
4-1625890-0 ROX2SJ2R7 144
4-1625890-1 ROX2SJ330R 144
4-1625890-2 ROX2SJ33K 144
4-1625890-3 ROX2SJ33R 144

4-1625890-4 ROX2SJ390R 144
4-1625890-5 ROX2SJ39K 144
4-1625890-6 ROX2SJ39R 144
4-1625890-7 ROX2SJ3K3 144
4-1625890-8 ROX2SJ3K9 144
4-1625890-9 ROX2SJ3R9 144
4-1625892-1 ROX3SJ330R 144
4-1625892-2 ROX3SJ33K 144
4-1625892-3 ROX3SJ33R 144
4-1625892-4 ROX3SJ390R 144
4-1625892-5 ROX3SJ39K 144
4-1625892-6 ROX3SJ39R 144
4-1625892-7 ROX3SJ3K3 144
4-1625892-8 ROX3SJ3K9 144
4-1625892-9 ROX3SJ3R3 144
4-1625931-1 MCU-1M-10%-1.5"-PL 239
4-1625931-2 MCU-10R-10%-5/8"-SL 239
4-1625931-3 MCU-22R-10%-5/8"-SL 239
4-1625931-4 MCU-10K-10%-6X40MM-FL 239
4-1625931-5 MCU-100K-10%-1"-SL 239
4-1625931-6 MCU-1K-10%-16MM-SL 239
4-1625958-0 HB16M8FZRE 114
4-1625958-1 HB120KFZAE 114
4-1625958-2 HB150MJZRE 114
4-1625958-3 HB1500MJZRE 114
4-1625958-4 HB12M7GZRE 114
4-1625958-5 HB11M5GZRE 114
4-1625958-7 HB13M3FZRE 114
4-1625963-2 HSA582RJ 60
4-1625963-4 HSA58K2J 60
4-1625963-6 HSA59R0F 60
4-1625963-8 HSA5R05J 60
4-1625966-0 HSA105R6J 60
4-1625966-2 HSA1062RJ 60
4-1625966-3 HSA1068RJ 60
4-1625966-5 HSA106R8J 60
4-1625966-6 HSA10820RJ 60
4-1625966-7 HSA1090R9J 60
4-1625966-9 HSA10R05E 60
4-1625971-0 HSA2533RJ 60
4-1625971-2 HSA25390RJ 60
4-1625971-3 HSA2539RJ 60
4-1625971-4 HSA253K3J 60
4-1625971-5 HSA253K9J 60
4-1625971-7 HSA253R3J 60
4-1625971-8 HSA253R9J 60
4-1625971-9 HSA25470RJ 60
4-1625984-1 HSA502K2J 60
4-1625984-2 HSA502R0J 60
4-1625984-3 HSA502R2J 60
4-1625984-5 HSA502R4J 60
4-1625984-6 HSA502R5J 60
4-1625984-7 HSA502R7J 60
4-1625984-8 HSA50330RJ 60
4-1625984-9 HSA5033RE 60
4-1625985-0 NHSA501R0F 60
4-1625999-0 HSC1004R7J 60
4-1625999-1 HSC10050KJ 60
4-1625999-2 HSC100560RJ 60
4-1625999-3 HSC10056RJ 60
4-1625999-4 HSC10068RJ 60
4-1625999-5 HSC1006K0J 60
4-1625999-6 HSC1006K8J 60
4-1625999-7 HSC1006R4J 60
4-1625999-8 HSC1006R8J 60
4-1625999-9 HSC1008R2J 60
4-1630019-0 HSC2001K2J 60
4-1630019-1 HSC200390RJ 60
4-1630019-2 HSC200250RJ 60
4-1630019-3 HSC20080RJ 60
4-1630019-4 HSC20010KJ 60
4-1630019-5 HSC20015RJ 60
4-1630019-6 HSC2006R8F 60
4-1630019-7 HSC20020RJ 60
4-1630019-8 HSC20022KJ 60
4-1630186-0 HSA50R015J 60
4-1630186-1 HSA502K5J 60
4-1630186-2 HSA5013R6J 60
4-1630186-3 HSA505R1F 60
4-1630186-4 HSA50221RF 60
4-1630186-5 HSA50R39E 60
4-1630477-0 H4P15KDZAR 17
4-1630477-1 H4P15RDZAR 17
4-1630477-2 H4P1K0DZAR 17
4-1630477-3 H4P200RDZAR 17
4-1630477-4 H4P270KDZAR 17
4-1630477-5 H4P27KDZAR 17
4-1630477-6 H4P2K2DZAR 17
4-1630477-7 H4P470KDZAR 17
4-1630477-8 H4P4K7DZAR 17
4-1630477-9 H4P51KDZAR 17
4-1676480-0 CRG0402F270R 130

4-1676480-1 CRG0402F27K 130
4-1676480-2 CRG0402F2K0 130
4-1676480-3 CRG0402F2K2 130
4-1676480-4 CRG0402F2K4 130
4-1676480-5 CRG0402F2K7 130
4-1676480-6 CRG0402F300K 130
4-1676480-7 CRG0402F300R 130
4-1676480-8 CRG0402F30K 130
4-1676480-9 CRG0402F330K 130
4-1676845-0 H4P5K9FCAR 17
4-1676845-1 H4P620RFCAR 17
4-1676845-2 H4P62KFCAR 17
4-1676845-3 H4P6K2FCAR 17
4-1676845-4 H4P6K8FCAR 17
4-1676845-5 H4P750KFCAR 17
4-1676845-6 H4P750RFCAR 17
4-1676845-7 H4P75KFCAR 17
4-1676845-8 H4P7K5FCAR 17
4-1676845-9 H4P7K8FCAR 17
4-1676913-0 YR1B22K1CC 21
4-1676913-1 YR1B22K6CC 21
4-1676913-2 YR1B232KCC 21
4-1676913-3 YR1B232RCC 21
4-1676913-4 YR1B237KCC 21
4-1676913-5 YR1B237RCC 21
4-1676913-6 YR1B23K2CC 21
4-1676913-7 YR1B23K7CC 21
4-1676913-8 YR1B243KCC 21
4-1676913-9 YR1B243RCC 21
4-1676914-0 YR1B499RCC 21
4-1676914-1 YR1B49K9CC 21
4-1676914-2 YR1B4K12CC 21
4-1676914-3 YR1B4K22CC 21
4-1676914-4 YR1B4K32CC 21
4-1676914-5 YR1B4K42CC 21
4-1676914-6 YR1B4K53CC 21
4-1676914-7 YR1B4K87CC 21
4-1676914-8 YR1B4K99CC 21
4-1676914-9 YR1B511KCC 21
4-1676915-0 YR1B90R9CC 21
4-1676915-1 YR1B931RCC 21
4-1676915-2 YR1B953RCC 21
4-1676915-3 YR1B95R3CC 21
4-1676915-4 YR1B976RCC 21
4-1676915-5 YR1B9K09CC 21
4-1676915-6 YR1B9K31CC 21
4-1676915-7 YR1B9K53CC 21
4-1676915-8 YR1B9K76CC 21
4-1676966-1 SMW24R7JT 45
4-1676966-3 SMW25R6JT 45
4-1676966-5 SMW26R8JT 45
4-1676966-7 SMW28R2JT 45
4-1676966-9 SMW210RJT 45
4-1676970-0 RN73C1J84K5BTG 6
4-1676970-1 RN73C1J86K6BTG 6
4-1676970-2 RN73C1J88K7BTG 6
4-1676970-7 RN73C1J90K9BTG 6
4-1676970-8 RN73C1J93K1BTG 6
4-1676970-9 RN73C1J95K3BTG 6
4-1879011-1 SMF210KJT 45
4-1879011-3 SMF212KJT 45
4-1879011-5 SMF215KJT 45
4-1879011-7 SMF218KJT 45
4-1879011-9 SMF222KJT 45
4-1879021-1 SMW34R7JT 45
4-1879021-3 SMW35R6JT 45
4-1879021-5 SMW36R8JT 45
4-1879021-7 SMW38R2JT 45
4-1879021-9 SMW310RJT 45
4-1879022-1 SMF315KJT 45
4-1879022-3 SMF318KJT 45
4-1879022-5 SMF322KJT 45
4-1879022-7 SMF327KJT 45
4-1879022-9 SMF333KJT 45
4-1879026-0 YR1B24R9CC 21
4-1879026-1 YR1B25R5CC 21
4-1879026-2 YR1B261KCC 21
4-1879026-3 YR1B26R1CC 21
4-1879026-4 YR1B26R7CC 21
4-1879026-5 YR1B274KCC 21
4-1879026-6 YR1B27R4CC 21
4-1879026-7 YR1B280KCC 21
4-1879026-8 YR1B287KCC 21
4-1879026-9 YR1B28R7CC 21
4-1879028-0 RN73C2A7R87BTG 6
4-1879028-1 RN73C2A8R06BTG 6
4-1879028-2 RN73C2A8R25BTG 6
4-1879028-3 RN73C2A8R45BTG 6
4-1879028-4 RN73C2A8R66BTG 6
4-1879028-5 RN73C2A8R87BTG 6
4-1879028-6 RN73C2A9R09BTG 6
4-1879028-7 RN73C2A9R31BTG 6

4-1879028-8 RN73C2A9R53BTG 6
4-1879028-9 RN73C2A9R76BTG 6
4-1879032-0 H4P3K92FCAR 17
4-1879032-1 H4P422RFCAR 17
4-1879032-2 H4P432RFCAR 17
4-1879032-3 H4P464KFCAR 17
4-1879032-4 H4P475KFCAR 17
4-1879032-5 H4P475RFCAR 17
4-1879032-6 H4P47K5FCAR 17
4-1879032-7 H4P47R5FCAR 17
4-1879032-8 H4P499RFCAR 17
4-1879032-9 H4P4K32FCAR 17
5-1613248-0 H4250KBDBR 17
5-1613400-0 H46K19BYBR 17
5-1613454-0 H4P22RFZAR 17
5-1613454-1 H4P24KFZAR 17
5-1613454-2 H4P25KFZAR 17
5-1613454-3 H4P270KFZAR 17
5-1613454-4 H4P270RFZAR 17
5-1613454-5 H4P27KFZAR 17
5-1613454-6 H4P27RFZAR 17
5-1613454-7 H4P2K2FZAR 17
5-1613454-8 H4P2K4FZAR 17
5-1613454-9 H4P2K7FZAR 17
5-1613471-0 H8101RFYBR 17
5-1613566-0 H815K26BCBR 17
5-1613727-0 H823K08BCBR 17
5-1613884-0 H8376K4BCBR 17
5-1614269-0 H8944K1BCBR 17
5-1614350-0 RN73C1J15R8BTG 6
5-1614350-1 RN73C1J15RBTG 6
5-1614350-2 RN73C1J162RBTG 6
5-1614350-3 RN73C1J165RBTG 6
5-1614350-4 RN73C1J169RBTG 6
5-1614350-5 RN73C1J16K2BTG 6
5-1614350-6 RN73C1J16K5BTG 6
5-1614350-7 RN73C1J16K9BTG 6
5-1614350-8 RN73C1J16R2BTG 6
5-1614350-9 RN73C1J16R5BTG 6
5-1614352-0 RN73C1J2K05BTG 6
5-1614352-1 RN73C1J2K0BTG 6
5-1614352-2 RN73C1J2K15BTG 6
5-1614352-3 RN73C1J2K1BTG 6
5-1614352-4 RN73C1J2K21BTG 6
5-1614352-5 RN73C1J21RBTDF 6
5-1614352-6 RN73C1J20KBTDF 6
5-1614352-7 RN73C1J215KBTG 6
5-1614352-8 RN73C1J221KBTG 6
5-1614352-9 RN73C1J226KBTG 6
5-1614353-0 RN73C1J3K01BTG 6
5-1614353-1 RN73C1J3K09BTG 6
5-1614353-2 RN73C1J3K16BTG 6
5-1614353-3 RN73C1J3K24BTG 6
5-1614353-4 RN73C1J3K32BTG 6
5-1614353-5 RN73C1J3K48BTG 6
5-1614353-6 RN73C1J3K4BTG 6
5-1614353-7 RN73C1J3K57BTG 6
5-1614353-8 RN73C1J3K65BTG 6
5-1614353-9 RN73C1J3K74BTG 6
5-1614354-0 RN73C1J6K81BTG 6
5-1614354-1 RN73C1J6K98BTG 6
5-1614354-2 RN73C1J715RBTG 6
5-1614354-3 RN73C1J71R5BTG 6
5-1614354-4 RN73C1J732RBTG 6
5-1614354-5 RN73C1J73R2BTG 6
5-1614354-6 RN73C1J750RBTG 6
5-1614354-7 RN73C1J75RBTG 6
5-1614354-8 RN73C1J768RBTG 6
5-1614354-9 RN73C1J76R8BTG 6
5-1614770-0 BDS2A25022RF 76
5-1614770-1 BDS2A250135RJ 76
5-1614770-2 BDS2A25050KF 76
5-1614770-3 BDS2A250600RJ 76
5-1614770-4 BDS2A2502K7J 76
5-1614770-5 BDS2A250200KJ 76
5-1614770-6 BDS2A2501K6K 76
5-1614770-7 BDS2A250100RJ 76
5-1614770-8 BDS2A250150KJ 76
5-1614770-9 BDS2A25015RJ 76
5-1614966-0 CPF1206B187KE1 10
5-1614968-0 CPF1206B2K49E1 10
5-1614971-0 CPF1206B61K9E 10
5-1614972-0 CPF1206B71K5E 10
5-1614972-1 CPF1206B71K5E1 10
5-1622796-0 YR1B205KCC 21
5-1622796-1 YR1B249KCC 21
5-1622796-2 YR1B2K74CC 21
5-1622796-3 YR1B348RCC 21
5-1622796-4 YR1B7K5CC 21
5-1622796-5 YR1B5K36CC 21
5-1622796-6 YR1B3K32CC 21
5-1622796-7 YR1B147RCC 21
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5-1622796-8 YR1B14K3CC 21
5-1622796-9 YR1B14K7CC 21
5-1622805-0 SIL08M473G 152
5-1622805-1 SIL08M473J 152
5-1622805-2 SIL08M560J 152
5-1622805-3 SIL08M561J 152
5-1622805-4 SIL08M562G 152
5-1622805-5 SIL08M562J 152
5-1622805-6 SIL08M563J 152
5-1622805-7 SIL08M681J 152
5-1622805-8 SIL08M682J 152
5-1622805-9 SIL08M683G 152
5-1622806-0 SIL09E681J 152
5-1622806-1 SIL09E682J 152
5-1622806-2 SIL09E683J 152
5-1622806-3 SIL09E821J 152
5-1622806-4 SIL09E822J 152
5-1622806-5 SIL09E273J 152
5-1622806-6 SIL09E222G 152
5-1622806-7 SIL09E432J 152
5-1622806-8 SIL09E333J 152
5-1622820-0 352047RJT 132
5-1622820-1 35204K7JT 132
5-1622820-2 35204R7JT 132
5-1622820-3 3520560RJT 132
5-1622820-4 352056RJT 132
5-1622820-5 35205R6JT 132
5-1622820-6 3520680KJT 132
5-1622820-7 3520680RJT 132
5-1622820-8 352068KJT 132
5-1622820-9 352068RJT 132
5-1622821-0 CRL1220T1R0JTD 33
5-1622821-1 CRL1220T1R2JTD 33
5-1622821-2 CRL1220T1R5JTD 33
5-1622821-3 CRL1220T1R8JTD 33
5-1622821-4 CRL1220T2R2JTD 33
5-1622821-5 CRL1220T2R7JTD 33
5-1622821-6 CRL1220T3R3JTD 33
5-1622821-7 CRL1220T3R9JTD 33
5-1622821-8 CRL1220T4R7JTD 33
5-1622821-9 CRL1220T5R6JTD 33
5-1622824-0 RL73K1ER82JTD 32
5-1622824-1 RL73K1ER15JTD 32
5-1622824-2 RL73K1ER18JTD 32
5-1622824-3 RL73K1ER22JTD 32
5-1622824-4 RL73K1ER27JTD 32
5-1622824-5 RL73K1ER33JTD 32
5-1622824-6 RL73K1ER39JTD 32
5-1622824-7 RL73K1ER47JTD 32
5-1622824-8 RL73K1ER56JTD 32
5-1622824-9 RL73K1ER68JTD 32
5-1622825-0 RL73K3AR56JTE 32
5-1622825-1 RL73K3AR68JTE 32
5-1622825-2 RL73K3AR82JTE 32
5-1622825-3 RL73K2BR15GTD 32
5-1622825-4 RL73K2AR12JTD 32
5-1622825-5 RL73K2AR18JTD 32
5-1622825-6 RL73K2AR22JTD 32
5-1622825-7 RL73K2AR27JTD 32
5-1622825-8 RL73K2AR33JTD 32
5-1622825-9 RL73K2AR39JTD 32
5-1622826-0 CRG0402J56K 130
5-1622826-1 CRG0402J56R 130
5-1622826-2 CRG0402J5K6 130
5-1622826-3 CRG0402J680K 130
5-1622826-4 CRG0402J680R 130
5-1622826-5 CRG0402J68K 130
5-1622826-6 CRG0402J68R 130
5-1622826-7 CRG0402J6K8 130
5-1622826-8 CRG0402J75R 130
5-1622826-9 CRG0402J820K 130
5-1622837-0 CRG0603F127R 130
5-1622856-0 CRG0603F169K 130
5-1622859-0 CRG0603F17R8 130
5-1622882-0 CRG0603F21K5 130
5-1622889-0 CRG0603F23K2 130
5-1622895-0 CRG0603F26K1 130
5-1622895-5 CRG0603F26K7 130
5-1622924-0 CRG0603F35K7 130
5-1622946-0 CRG0603F464K 130
5-1622954-0 CRG0603F499K 130
5-1622977-0 CRG0603F619K 130
5-1622983-0 CRG0603F64R9 130
5-1622993-0 CRG0603F73K2 130
5-1622998-0 CRG0603F80K6 130
5-1623357-0 CRG0805J30K 130
5-1623357-1 CRG0805J300K 130
5-1623714-0 FCB427RJ 50
5-1623732-0 SBCHE66K8J 54
5-1623732-1 SBCHE66R8J 54
5-1623732-3 SBCHE6820RJ 54
5-1623732-4 SBCHE682RJ 54

5-1623732-5 SBCHE68K2J 54
5-1623732-6 SBCHE68R2J 54
5-1623732-7 SBCHE6R47K 54
5-1623732-8 SBCHE6R56K 54
5-1623732-9 SBCHE6R68K 54
5-1623746-0 ER74820RJT 58
5-1623746-1 ER7482RJT 58
5-1623746-2 ER748K2JT 58
5-1623746-3 ER748R2JT 58
5-1623746-4 ER74R015FT 58
5-1623746-5 ER74R018JT 58
5-1623746-6 ER74R01FT 58
5-1623746-7 ER74R01KT 58
5-1623746-8 ER74R024KT 58
5-1623746-9 ER74R02JT 58
5-1623750-0 ER58R50JT 58
5-1623750-1 ER58R68JT 58
5-1623750-3 ER58R10KT 58
5-1623750-4 ER58R22KT 58
5-1623750-6 ER58R68KT 58
5-1623750-7 ER58300RJT 58
5-1623750-8 ER581R8JT 58
5-1623771-0 C3A8K2JT 56
5-1623771-1 C3A8R2JT 56
5-1623771-2 C3A91RJT 56
5-1623771-3 C3AR10JT 56
5-1623771-4 C3AR11JT 56
5-1623771-5 C3AR12JT 56
5-1623771-6 C3AR15JT 56
5-1623771-7 C3AR18JT 56
5-1623771-8 C3AR22JT 56
5-1623771-9 C3AR27JT 56
5-1623772-0 C7470RJT 56
5-1623772-1 C747RJT 56
5-1623772-2 C74R7JT 56
5-1623772-3 C750RGT 56
5-1623772-4 C7560RJT 56
5-1623772-5 C756RJT 56
5-1623772-6 C75K6JT 56
5-1623772-7 C75R6JT 56
5-1623772-8 C762RJT 56
5-1623772-9 C7680RJT 56
5-1623795-0 SQPW710RJ 51
5-1623795-1 SQPW715RJ 51
5-1623795-2 SQPW71R0J 51
5-1623795-3 SQPW7220RJ 51
5-1623795-4 SQPW722RJ 51
5-1623795-5 SQPW72R2J 51
5-1623795-6 SQPW747RJ 51
5-1623795-7 SQPW74R7J 51
5-1623795-8 SQPW76R8J 51
5-1623795-9 SQPW78R2J 51
5-1623925-0 CFR100J6K8 140
5-1623925-1 CFR100J8K2 140
5-1623925-2 CFR100J12R 140
5-1623925-3 CFR100J1R0 140
5-1623925-4 CFR100J2R2 140
5-1623925-5 CFR100J330K 140
5-1623925-6 CFR100J39R 140
5-1623925-7 CFR100J82K 140
5-1623925-8 CFR100J270K 140
5-1623925-9 CFR100J4R7 140
5-1623927-0 CFR16J22K 140
5-1623927-2 CFR16J22R 140
5-1623927-5 CFR16J270K 140
5-1623927-6 CFR16J270R 140
5-1623927-8 CFR16J27K 140
5-1623928-1 CFR16J75R 140
5-1623928-3 CFR16J820K 140
5-1623928-5 CFR16J820R 140
5-1623928-6 CFR16J82K 140
5-1623928-7 CFR16J82R 140
5-1623929-0 CFR200J68K 140
5-1623929-1 CFR200J68R 140
5-1623929-2 CFR200J82K 140
5-1623929-3 CFR200J8K2 140
5-1623929-4 CFR200J8R2 140
5-1623929-5 CFR200J910R 140
5-1623929-6 CFR200J270R 140
5-1623929-7 CFR200J5K6 140
5-1623929-8 CFR200J6K8 140
5-1623929-9 CFR200J1K8 140
5-1623930-0 CFR25J20K 140
5-1623930-1 CFR25J20R 140
5-1623930-2 CFR25J220K 140
5-1623930-4 CFR25J220R 140
5-1623930-5 CFR25J22K 140
5-1623930-6 CFR25J22R 140
5-1623930-7 CFR25J240K 140
5-1623930-8 CFR25J240R 140
5-1623930-9 CFR25J24K 140
5-1623931-1 CFR25J5K1 140

5-1623931-3 CFR25J5K6 140
5-1623931-4 CFR25J5M6 140
5-1623931-5 CFR25J5R1 140
5-1623931-6 CFR25J5R6 140
5-1623931-7 CFR25J620K 140
5-1623931-8 CFR25J620R 140
5-1623931-9 CFR25J62K 140
5-1623932-0 CFR50J1R0 140
5-1623932-2 CFR50J1R2 140
5-1623932-3 CFR50J1R5 140
5-1623932-4 CFR50J1R8 140
5-1623932-5 CFR50J200R 140
5-1623932-6 CFR50J20K 140
5-1623932-7 CFR50J220K 140
5-1623932-8 CFR50J220R 140
5-1623932-9 CFR50J220R/S 140
5-1623933-0 CFR50J5R6 140
5-1623933-1 CFR50J62K 140
5-1623933-2 CFR50J680K 140
5-1623933-3 CFR50J680R 140
5-1623933-4 CFR50J68K 140
5-1623933-5 CFR50J68R 140
5-1623933-6 CFR50J6K2 140
5-1623933-7 CFR50J6K8 140
5-1623933-8 CFR50J6M8 140
5-1624200-0 RW3203KD 240
5-1624200-1 RW3251KD 240
5-1624200-2 RW3500KD 240
5-1624200-3 RW3501KD 240
5-1624322-1 UPW30B100KV 23
5-1624322-2 UPW30B100RV 23
5-1624322-3 UPW30B10KV 23
5-1624322-4 UPW30B10RV 23
5-1624322-5 UPW30B120RV 23
5-1624322-6 UPW30B1K0V 23
5-1624322-7 UPW30B200RV 23
5-1624322-8 UPW30B20KV 23
5-1624322-9 UPW30B20RV 23
5-1625827-0 TL3AR056FTDG 26
5-1625827-1 TL3AR02FTDG 26
5-1625885-0 ROX1SJ270R 144
5-1625885-1 ROX1SJ27K 144
5-1625885-2 ROX1SJ27R 144
5-1625885-3 ROX1SJ2K2 144
5-1625885-4 ROX1SJ2K7 144
5-1625885-5 ROX1SJ2R2 144
5-1625885-6 ROX1SJ2R7 144
5-1625885-7 ROX1SJ82K 144
5-1625890-0 ROX2SJ470K 144
5-1625890-1 ROX2SJ470R 144
5-1625890-2 ROX2SJ47K 144
5-1625890-3 ROX2SJ47R 144
5-1625890-4 ROX2SJ4K7 144
5-1625890-5 ROX2SJ4R7 144
5-1625890-8 ROX2SJ560R 144
5-1625892-0 ROX3SJ3R9 144
5-1625892-1 ROX3SJ470K 144
5-1625892-2 ROX3SJ470R 144
5-1625892-3 ROX3SJ47K 144
5-1625892-4 ROX3SJ47R 144
5-1625892-5 ROX3SJ4K7 144
5-1625892-6 ROX3SJ4R7 144
5-1625892-7 ROX3SJ51K 144
5-1625892-8 ROX3SJ560R 144
5-1625892-9 ROX3SJ56K 144
5-1625963-1 HSA5R10E 60
5-1625963-2 HSA5R10F 60
5-1625963-5 HSA5R10J 60
5-1625963-7 HSA5R121F 60
5-1625963-8 HSA5R15J 60
5-1625963-9 HSA5R18J 60
5-1625966-1 HSA10R10E 60
5-1625966-2 HSA10R10J 60
5-1625966-3 HSA10R20F 60
5-1625966-4 HSA10R20J 60
5-1625966-6 HSA10R33J 60
5-1625966-7 HSA10R39J 60
5-1625966-9 HSA10R68K 60
5-1625971-1 HSA2547RJ 60
5-1625971-3 HSA254K7J 60
5-1625971-4 HSA254R7J 60
5-1625971-6 HSA2550RJ 60
5-1625971-7 HSA25560RJ 60
5-1625971-8 HSA2556RJ 60
5-1625984-0 HSA5033RJ 60
5-1625984-1 HSA50390RF 60
5-1625984-2 HSA50390RJ 60
5-1625984-3 HSA5039RJ 60
5-1625984-4 HSA503K0J 60
5-1625984-5 HSA503K3J 60
5-1625984-6 HSA503R3J 60
5-1625984-7 HSA503R9J 60

5-1625984-8 HSA5043RF 60
5-1625984-9 HSA50470RJ 60
5-1625999-0 HSC100R10J 60
5-1625999-1 HSC100R15F 60
5-1625999-2 HSC100R22J 60
5-1625999-3 HSC100R47J 60
5-1625999-4 HSC100R50J 60
5-1625999-5 HSC100R56J 60
5-1625999-6 HSC1001R0F 60
5-1625999-7 HSC1003K9J 60
5-1625999-8 HSC1001R75F 60
5-1625999-9 HSC10036RJ 60
5-1630477-0 H4P5R1DZAR 17
5-1630477-1 H4P8K2FDAR 17
5-1630477-2 H4P127RDAAR 17
5-1630477-3 H4P110RBYAR 17
5-1630477-4 H4P140RBYAR 17
5-1630477-5 H4P330RFCAR 17
5-1630477-6 H4P130RDAAR 17
5-1630477-7 H4P130RFCAR 17
5-1630477-8 H4P1M5BCAR 17
5-1630477-9 H4P2M0BCAR 17
5-1676213-3 RN73C2A18KBTD 6
5-1676274-3 RN73C2A27KBTD 6
5-1676294-2 RN73C2A2K7BTDF 6
5-1676480-0 CRG0402F330R 130
5-1676480-1 CRG0402F33K 130
5-1676480-2 CRG0402F360K 130
5-1676480-3 CRG0402F360R 130
5-1676480-4 CRG0402F36K 130
5-1676480-5 CRG0402F390K 130
5-1676480-6 CRG0402F390R 130
5-1676480-7 CRG0402F39K 130
5-1676480-8 CRG0402F3K0 130
5-1676480-9 CRG0402F3K3 130
5-1676845-0 H4P80K6FCAR 17
5-1676845-1 H4P85KFCAR 17
5-1676845-2 H4P86K6FCAR 17
5-1676845-3 H4P8K8FCAR 17
5-1676845-4 H4P910RFCAR 17
5-1676845-5 H4P91KFCAR 17
5-1676845-6 H4P91RFCAR 17
5-1676845-7 H4P93K1FCAR 17
5-1676845-8 H4P95K3FCAR 17
5-1676845-9 H4P97K6FCAR 17
5-1676913-0 YR1B249RCC 21
5-1676913-1 YR1B24K9CC 21
5-1676913-2 YR1B255KCC 21
5-1676913-3 YR1B255RCC 21
5-1676913-4 YR1B25K5CC 21
5-1676913-5 YR1B261RCC 21
5-1676913-6 YR1B267KCC 21
5-1676913-7 YR1B267RCC 21
5-1676913-8 YR1B26K1CC 21
5-1676913-9 YR1B26K7CC 21
5-1676914-0 YR1B511RCC 21
5-1676914-1 YR1B51K1CC 21
5-1676914-2 YR1B51R1CC 21
5-1676914-3 YR1B523RCC 21
5-1676914-4 YR1B52K3CC 21
5-1676914-5 YR1B536RCC 21
5-1676914-6 YR1B53K6CC 21
5-1676914-7 YR1B53R6CC 21
5-1676914-8 YR1B549RCC 21
5-1676914-9 YR1B54K9CC 21
5-1676915-0 YR1B102RCC 21
5-1676915-1 YR1B105KCC 21
5-1676915-2 YR1B105RCC 21
5-1676915-3 YR1B107RCC 21
5-1676915-4 YR1B10K5CC 21
5-1676915-5 YR1B10K7CC 21
5-1676915-6 YR1B110KCC 21
5-1676915-7 YR1B110RCC 21
5-1676915-8 YR1B113RCC 21
5-1676915-9 YR1B115RCC 21
5-1676966-1 SMW212RJT 45
5-1676966-3 SMW215RJT 45
5-1676966-5 SMW218RJT 45
5-1676966-7 SMW222RJT 45
5-1676966-9 SMW227RJT 45
5-1676970-0 RN73C1J97K6BTG 6
5-1879011-1 SMF227KJT 45
5-1879011-3 SMF233KJT 45
5-1879011-5 SMF239KJT 45
5-1879011-7 SMF247KJT 45
5-1879011-9 SMF256KJT 45
5-1879021-1 SMW312RJT 45
5-1879021-3 SMW315RJT 45
5-1879021-5 SMW318RJT 45
5-1879021-7 SMW322RJT 45
5-1879021-9 SMW327RJT 45
5-1879022-1 SMF339KJT 45
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5-1879022-3 SMF347KJT 45
5-1879022-5 SMF356KJT 45
5-1879022-7 SMF368KJT 45
5-1879022-9 SMF382KJT 45
5-1879026-0 YR1B28RCC 21
5-1879026-1 YR1B294KCC 21
5-1879026-2 YR1B29R4CC 21
5-1879026-3 YR1B309KCC 21
5-1879026-4 YR1B30R1CC 21
5-1879026-5 YR1B30R9CC 21
5-1879026-6 YR1B316KCC 21
5-1879026-7 YR1B31R6CC 21
5-1879026-8 YR1B324KCC 21
5-1879026-9 YR1B32R4CC 21
5-1879032-0 H4P4K75FCAR 17
5-1879032-1 H4P500KFCAR 17
5-1879032-2 H4P510KFCAR 17
5-1879032-3 H4P510RFCAR 17
5-1879032-4 H4P51K1FCAR 17
5-1879032-5 H4P51R1FCAR 17
5-1879032-6 H4P530RFCAR 17
5-1879032-7 H4P560KFCAR 17
5-1879032-8 H4P562RFCAR 17
5-1879032-9 H4P56K2FCAR 17
6-1613454-0 H4P2M2FZAR 17
6-1613454-1 H4P2M7FZAR 17
6-1613454-2 H4P2R2FZAR 17
6-1613454-3 H4P2R7FZAR 17
6-1613454-4 H4P30RFZAR 17
6-1613454-5 H4P330KFZAR 17
6-1613454-6 H4P330RFZAR 17
6-1613454-7 H4P33KFZAR 17
6-1613454-8 H4P33RFZAR 17
6-1613454-9 H4P37R4FZAR 17
6-1614350-0 RN73C1J16R9BTG 6
6-1614350-1 RN73C1J174RBTG 6
6-1614350-2 RN73C1J178RBTG 6
6-1614350-3 RN73C1J17K4BTG 6
6-1614350-4 RN73C1J17K8BTG 6
6-1614350-5 RN73C1J17R4BTG 6
6-1614350-6 RN73C1J17R8BTG 6
6-1614350-7 RN73C1J182RBTG 6
6-1614350-8 RN73C1J187RBTG 6
6-1614350-9 RN73C1J18K2BTG 6
6-1614352-0 RN73C1J232KBTG 6
6-1614352-1 RN73C1J237KBTG 6
6-1614352-2 RN73C1J243KBTG 6
6-1614352-3 RN73C1J249KBTG 6
6-1614352-4 RN73C1J255KBTG 6
6-1614352-5 RN73C1J261KBTG 6
6-1614352-6 RN73C1J267KBTG 6
6-1614352-7 RN73C1J210KBTG 6
6-1614353-0 RN73C1J3K83BTG 6
6-1614353-1 RN73C1J3K92BTG 6
6-1614353-2 RN73C1J402RBTG 6
6-1614353-3 RN73C1J40K2BTG 6
6-1614353-4 RN73C1J40R2BTG 6
6-1614353-5 RN73C1J412RBTG 6
6-1614353-6 RN73C1J41K2BTG 6
6-1614353-7 RN73C1J41R2BTG 6
6-1614353-8 RN73C1J422RBTG 6
6-1614353-9 RN73C1J42K2BTG 6
6-1614354-0 RN73C1J787RBTG 6
6-1614354-1 RN73C1J78R7BTG 6
6-1614354-2 RN73C1J7K15BTG 6
6-1614354-3 RN73C1J7K32BTG 6
6-1614354-4 RN73C1J7K5BTG 6
6-1614354-5 RN73C1J7K68BTG 6
6-1614354-6 RN73C1J7K87BTG 6
6-1614354-7 RN73C1J825RBTG 6
6-1614354-8 RN73C1J82R5BTG 6
6-1614354-9 RN73C1J845RBTG 6
6-1614770-0 BDS2A25025KK 76
6-1614770-1 BDS2A25040RJ 76
6-1614770-2 BDS2A2504R0J 76
6-1614770-3 BDS2A25056KJ 76
6-1614770-4 BDS2A25077RJ 76
6-1614770-5 BDS2A2501K8K 76
6-1614972-0 CPF1206B75KE1 10
6-1622796-0 YR1B14KCC 21
6-1622796-1 YR1B150KCC 21
6-1622796-2 YR1B150RCC 21
6-1622796-3 YR1B154KCC 21
6-1622796-4 YR1B154RCC 21
6-1622796-5 YR1B158KCC 21
6-1622796-6 YR1B158RCC 21
6-1622796-7 YR1B15K4CC 21
6-1622796-8 YR1B15K8CC 21
6-1622796-9 YR1B162KCC 21
6-1622805-0 SIL08M683J 152
6-1622805-1 SIL08M750J 152
6-1622805-2 SIL08M820J 152

6-1622805-3 SIL08M270J 152
6-1622805-4 SIL08M183J 152
6-1622805-5 SIL08M474J 152
6-1622805-6 SIL08M392J 152
6-1622805-7 SIL08M272J 152
6-1622820-0 35206K8JT 132
6-1622820-1 35206R8JT 132
6-1622820-2 35207R5JT 132
6-1622820-3 3520820RJT 132
6-1622820-4 352082RJT 132
6-1622820-5 35208K2JT 132
6-1622820-6 35208R2JT 132
6-1622820-8 35201K8JT 132
6-1622820-9 352091RJT 132
6-1622821-0 CRL1220T6R8JTD 33
6-1622821-1 CRL1220T8R2JTD 33
6-1622821-2 CRL1220TR022JTD 33
6-1622821-3 CRL1220TR033JTD 33
6-1622821-4 CRL1220TR047JTD 33
6-1622821-5 CRL1220TR068JTD 33
6-1622821-6 CRL1220TR075JTD 33
6-1622821-7 CRL1220TR10JTD 33
6-1622821-8 CRL1220TR15JTD 33
6-1622821-9 CRL1220TR22JTD 33
6-1622824-0 RL73K1JR56JTD 32
6-1622824-1 RL73K1JR10JTD 32
6-1622824-2 RL73K1JR12JTD 32
6-1622824-3 RL73K1JR15JTD 32
6-1622824-4 RL73K1JR18JTD 32
6-1622824-5 RL73K1JR22JTD 32
6-1622824-6 RL73K1JR27JTD 32
6-1622824-7 RL73K1JR33JTD 32
6-1622824-8 RL73K1JR39JTD 32
6-1622824-9 RL73K1JR47JTD 32
6-1622825-1 RL73K2AR47JTD 32
6-1622825-2 RL73K2AR56JTD 32
6-1622825-3 RL73K2AR68JTD 32
6-1622825-4 RL73K2AR82JTD 32
6-1622825-5 RL73K2BR10JTD 32
6-1622825-6 RL73K2BR12JTD 32
6-1622825-7 RL73K2BR15JTD 32
6-1622825-8 RL73K2BR18JTD 32
6-1622825-9 RL73K2BR22JTD 32
6-1622826-0 CRG0402J820R 130
6-1622826-1 CRG0402J82K 130
6-1622826-2 CRG0402J82R 130
6-1622826-3 CRG0402J8K2 130
6-1622826-4 CRG0402ZR 130
6-1622826-5 CRG0402J1R0 130
6-1622826-6 CRG0402J1R2 130
6-1622826-7 CRG0402J1R5 130
6-1622826-8 CRG0402J1R8 130
6-1622826-9 CRG0402J2R2 130
6-1622856-0 CRG0603F169R 130
6-1622882-0 CRG0603F21R5 130
6-1622895-0 CRG0603F26R1 130
6-1622924-0 CRG0603F35R7 130
6-1622983-0 CRG0603F665R 130
6-1623732-0 SBCHE6R82K 54
6-1623746-0 ER74R033JT 58
6-1623746-2 ER74R03JT 58
6-1623746-3 ER74R03KT 58
6-1623746-4 ER74R047JT 58
6-1623746-6 ER74R047KT 58
6-1623746-7 ER74R05GT 58
6-1623746-8 ER74R05JT 58
6-1623746-9 ER74R05KT 58
6-1623771-0 C3AR33JT 56
6-1623771-1 C3AR39JT 56
6-1623771-2 C3AR47GT 56
6-1623771-3 C3AR47JT 56
6-1623771-4 C3AR50JT 56
6-1623771-5 C3AR56JT 56
6-1623771-6 C3AR68JT 56
6-1623771-8 C3AR68FT 56
6-1623771-9 C3A12RJT 56
6-1623772-0 C768RJT 56
6-1623772-1 C76R8JT 56
6-1623772-2 C7820RJT 56
6-1623772-3 C782RJT 56
6-1623772-4 C78K2JT 56
6-1623772-5 C78R2JT 56
6-1623772-6 C7R10JT 56
6-1623772-7 C7R15JT 56
6-1623772-8 C7R18JT 56
6-1623772-9 C7R22JT 56
6-1623795-0 SQPW7R10J 51
6-1623795-1 SQPW7R22J 51
6-1623795-2 SQPW7R33J 51
6-1623795-3 SQPW7R47J 51
6-1623795-4 SQPW7R68J 51
6-1623795-5 SQPW2R10J 51

6-1623925-0 CFR100J5R6 140
6-1623927-0 CFR16J27R 140
6-1623927-1 CFR16J2K0 140
6-1623927-3 CFR16J2K2 140
6-1623927-4 CFR16J2K4 140
6-1623927-5 CFR16J2K7 140
6-1623927-6 CFR16J2M2 140
6-1623927-8 CFR16J2M7 140
6-1623928-0 CFR16J8K2 140
6-1623928-1 CFR16J8R2 140
6-1623928-2 CFR16J910R 140
6-1623928-3 CFR16J75K 140
6-1623928-4 CFR16J7K5 140
6-1623928-5 CFR16J750K 140
6-1623928-6 CFR16J9K1 140
6-1623928-7 CFR16J51R 140
6-1623928-8 CFR16J43K 140
6-1623928-9 CFR16J62K 140
6-1623929-0 CFR200J270K 140
6-1623929-1 CFR200J1K2 140
6-1623929-2 CFR200J12K 140
6-1623930-0 CFR25J270K 140
6-1623930-2 CFR25J270R 140
6-1623930-3 CFR25J27K 140
6-1623930-4 CFR25J27R 140
6-1623930-5 CFR25J2K0 140
6-1623930-6 CFR25J2K2 140
6-1623930-7 CFR25J2K4 140
6-1623930-8 CFR25J2K7 140
6-1623930-9 CFR25J2M0 140
6-1623931-0 CFR25J62R 140
6-1623931-1 CFR25J680K 140
6-1623931-2 CFR25J680R 140
6-1623931-3 CFR25J68K 140
6-1623931-4 CFR25J68R 140
6-1623931-5 CFR25J6K2 140
6-1623931-6 CFR25J6K8 140
6-1623931-7 CFR25J6M8 140
6-1623931-8 CFR25J6R8 140
6-1623932-0 CFR50J22K 140
6-1623932-2 CFR50J22R 140
6-1623932-3 CFR50J240R 140
6-1623932-4 CFR50J24K 140
6-1623932-5 CFR50J270K 140
6-1623932-7 CFR50J270R 140
6-1623932-8 CFR50J27K 140
6-1623932-9 CFR50J27R 140
6-1623933-0 CFR50J6R8 140
6-1623933-1 CFR50J750R 140
6-1623933-2 CFR50J75K 140
6-1623933-4 CFR50J75R 140
6-1623933-5 CFR50J820K 140
6-1623933-7 CFR50J820R 140
6-1623933-8 CFR50J82K 140
6-1623933-9 CFR50J82R 140
6-1624322-0 UPW30B250RV 23
6-1624322-1 UPW30B2K0V 23
6-1624322-2 UPW30B350RV 23
6-1624322-3 UPW30B40KV 23
6-1624322-4 UPW30B500RV 23
6-1624322-5 UPW30B50KV 23
6-1624322-6 UPW30B50RV 23
6-1624322-7 UPW30B5K0V 23
6-1625890-0 ROX2SJ56K 144
6-1625890-1 ROX2SJ56R 144
6-1625890-2 ROX2SJ5K6 144
6-1625890-3 ROX2SJ5R6 144
6-1625890-4 ROX2SJ680R 144
6-1625890-5 ROX2SJ68K 144
6-1625890-6 ROX2SJ68R 144
6-1625890-7 ROX2SJ6K8 144
6-1625890-8 ROX2SJ6R8 144
6-1625890-9 ROX2SJ820R 144
6-1625892-0 ROX3SJ56R 144
6-1625892-1 ROX3SJ5K6 144
6-1625892-3 ROX3SJ62R 144
6-1625892-4 ROX3SJ680R 144
6-1625892-6 ROX3SJ68K 144
6-1625892-7 ROX3SJ68R 144
6-1625892-8 ROX3SJ6K8 144
6-1625963-0 HSA5R20F 60
6-1625963-2 HSA5R22J 60
6-1625963-3 HSA5R47J 60
6-1625963-5 HSA51K0J 60
6-1625963-6 HSA512RJ 60
6-1625963-7 HSA51R2J 60
6-1625963-8 HSA54R7J 60
6-1625963-9 HSA55R1J 60
6-1625966-0 HSA10R05J 60
6-1625966-1 HSA10390RJ 60
6-1625966-2 HSA10470RJ 60
6-1625966-4 HSA101K5J 60

6-1625966-5 HSA10180RJ 60
6-1625966-6 HSA10560RJ 60
6-1625966-7 HSA10620RJ 60
6-1625966-8 HSA10680RJ 60
6-1625966-9 HSA103R3J 60
6-1625971-0 HSA25680RJ 60
6-1625971-2 HSA2568RJ 60
6-1625971-3 HSA256R2E 60
6-1625971-4 HSA256R8J 60
6-1625971-5 HSA257K0E 60
6-1625971-6 HSA257R5J 60
6-1625971-7 HSA25820RJ 60
6-1625971-8 HSA2582RJ 60
6-1625971-9 HSA258K2E 60
6-1625984-0 HSA5047KJ 60
6-1625984-1 HSA5047RJ 60
6-1625984-2 HSA504K7F 60
6-1625984-3 HSA504K7J 60
6-1625984-4 HSA504R7J 60
6-1625984-5 HSA5050KJ 60
6-1625984-7 HSA5051RJ 60
6-1625984-8 HSA50560RF 60
6-1625984-9 HSA50560RJ 60
6-1625999-0 HSC100R27J 60
6-1625999-1 HSC100R82J 60
6-1625999-2 HSC100R22F 60
6-1625999-3 HSC10012RJ 60
6-1625999-4 HSC1004R0J 60
6-1625999-5 HSC100200RJ 60
6-1625999-6 HSC100390RJ 60
6-1625999-7 HSC100204RJ 60
6-1625999-8 HSC100680RJ 60
6-1625999-9 HSC10050RJ 60
6-1630477-0 H4P680KBCAR 17
6-1630477-1 H4P200RFZAR 17
6-1630477-2 H4P49K9FZAR 17
6-1630477-3 H4P8R2FZAR 17
6-1630477-4 H4P100RBBAR 17
6-1630477-5 H4P12KFDAR 17
6-1630477-6 H4P4K7FDAR 17
6-1630477-7 H4P180RFDAR 17
6-1630477-8 H4P300KBDAR 17
6-1630477-9 H4P100RBYAR 17
6-1676480-0 CRG0402F3K6 130
6-1676480-1 CRG0402F3K9 130
6-1676480-2 CRG0402F430K 130
6-1676480-3 CRG0402F430R 130
6-1676480-4 CRG0402F43K 130
6-1676480-5 CRG0402F470K 130
6-1676480-6 CRG0402F470R 130
6-1676480-7 CRG0402F47K 130
6-1676480-8 CRG0402F4K3 130
6-1676480-9 CRG0402F4K7 130
6-1676845-0 H4P9K09FCAR 17
6-1676845-1 H4P9K31FCAR 17
6-1676845-2 H4P9K53FCAR 17
6-1676845-3 H4P9K76FCAR 17
6-1676845-4 H4P75RFCAR 17
6-1676845-5 H4P1K6FCAR 17
6-1676845-6 H4P240RFCAR 17
6-1676845-7 H4P300RFCAR 17
6-1676845-8 H4P47RFCAR 17
6-1676845-9 H4P3K3FDAR 17
6-1676913-0 YR1B274RCC 21
6-1676913-1 YR1B280RCC 21
6-1676913-2 YR1B287RCC 21
6-1676913-3 YR1B28K7CC 21
6-1676913-4 YR1B28KCC 21
6-1676913-5 YR1B294RCC 21
6-1676913-6 YR1B29K4CC 21
6-1676913-7 YR1B2K05CC 21
6-1676913-8 YR1B2K15CC 21
6-1676913-9 YR1B2K1CC 21
6-1676914-0 YR1B562KCC 21
6-1676914-1 YR1B562RCC 21
6-1676914-2 YR1B56K2CC 21
6-1676914-3 YR1B56R2CC 21
6-1676914-4 YR1B576RCC 21
6-1676914-5 YR1B57K6CC 21
6-1676914-6 YR1B590RCC 21
6-1676914-7 YR1B59KCC 21
6-1676914-8 YR1B59RCC 21
6-1676914-9 YR1B5K23CC 21
6-1676915-0 YR1B118KCC 21
6-1676915-1 YR1B118RCC 21
6-1676915-2 YR1B11K3CC 21
6-1676915-3 YR1B11K5CC 21
6-1676915-4 YR1B11K8CC 21
6-1676915-5 YR1B11KCC 21
6-1676915-6 YR1B121RCC 21
6-1676915-7 YR1B124KCC 21
6-1676915-8 YR1B124RCC 21
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6-1676915-9 YR1B127KCC 21
6-1676966-1 SMW233RJT 45
6-1676966-3 SMW239RJT 45
6-1676966-5 SMW247RJT 45
6-1676966-7 SMW256RJT 45
6-1676966-9 SMW268RJT 45
6-1879011-1 SMF268KJT 45
6-1879011-3 SMF282KJT 45
6-1879011-5 SMF2100KJT 45
6-1879011-7 SMF2120KJT 45
6-1879011-9 SMF2150KJT 45
6-1879021-1 SMW333RJT 45
6-1879021-3 SMW339RJT 45
6-1879021-5 SMW347RJT 45
6-1879021-7 SMW356RJT 45
6-1879021-9 SMW368RJT 45
6-1879022-1 SMF3100KJT 45
6-1879022-3 SMF3120KJT 45
6-1879022-5 SMF3150KJT 45
6-1879022-7 SMF3180KJT 45
6-1879022-9 SMF3220KJT 45
6-1879026-0 YR1B33R2CC 21
6-1879026-1 YR1B340KCC 21
6-1879026-2 YR1B348KCC 21
6-1879026-3 YR1B34R8CC 21
6-1879026-4 YR1B34RCC 21
6-1879026-5 YR1B35R7CC 21
6-1879026-6 YR1B365KCC 21
6-1879026-7 YR1B36R5CC 21
6-1879026-8 YR1B374KCC 21
6-1879026-9 YR1B37R4CC 21
6-1879032-0 H4P590RFCAR 17
6-1879032-1 H4P5K11FCAR 17
6-1879032-2 H4P60KFCAR 17
6-1879032-3 H4P619RFCAR 17
6-1879032-4 H4P61K9FCAR 17
6-1879032-5 H4P680KFCAR 17
6-1879032-6 H4P681RFCAR 17
6-1879032-7 H4P6K04FCAR 17
6-1879032-8 H4P6K19FCAR 17
6-1879032-9 H4P6K81FCAR 17
7-1613454-0 H4P390KFZAR 17
7-1613454-1 H4P390RFZAR 17
7-1613454-2 H4P39KFZAR 17
7-1613454-3 H4P39RFZAR 17
7-1613454-4 H4P3K3FZAR 17
7-1613454-5 H4P3K9FZAR 17
7-1613454-6 H4P3M0FZAR 17
7-1613454-7 H4P3M3FZAR 17
7-1613454-8 H4P3M9FZAR 17
7-1613454-9 H4P470KFZAR 17
7-1614350-0 RN73C1J18K7BTG 6
7-1614350-1 RN73C1J18R2BTG 6
7-1614350-2 RN73C1J18R7BTG 6
7-1614350-3 RN73C1J191RBTG 6
7-1614350-4 RN73C1J196RBTG 6
7-1614350-5 RN73C1J19K1BTG 6
7-1614350-6 RN73C1J19K6BTG 6
7-1614350-7 RN73C1J19R1BTG 6
7-1614350-8 RN73C1J19R6BTG 6
7-1614350-9 RN73C1J1K02BTG 6
7-1614353-0 RN73C1J42R2BTG 6
7-1614353-1 RN73C1J432RBTG 6
7-1614353-2 RN73C1J43K2BTG 6
7-1614353-3 RN731J43R2BTG 6
7-1614353-4 RN73C1J442RBTG 6
7-1614353-5 RN73C1J44K2BTG 6
7-1614353-6 RN73C1J44R2BTG 6
7-1614353-7 RN73C1J453RBTG 6
7-1614353-8 RN73C1J45K3BTG 6
7-1614353-9 RN73C1J45R3BTG 6
7-1614354-0 RN73C1J84R5BTG 6
7-1614354-1 RN73C1J866RBTG 6
7-1614354-2 RN73C1J86R6BTG 6
7-1614354-3 RN73C1J887RBTG 6
7-1614354-4 RN73C1J88R7BTG 6
7-1614354-5 RN73C1J8K25BTG 6
7-1614354-6 RN73C1J8K45BTG 6
7-1614354-7 RN73C1J8K66BTG 6
7-1614354-8 RN73C1J8K87BTG 6
7-1614354-9 RN73C1J909RBTG 6
7-1622796-0 YR1B162RCC 21
7-1622796-1 YR1B165KCC 21
7-1622796-2 YR1B165RCC 21
7-1622796-3 YR1B169KCC 21
7-1622796-4 YR1B169RCC 21
7-1622796-5 YR1B16K5CC 21
7-1622796-6 YR1B16K9CC 21
7-1622796-7 YR1B174KCC 21
7-1622796-8 YR1B174RCC 21
7-1622796-9 YR1B178KCC 21
7-1622820-0 35203K0JT 132

7-1622820-1 352010MJT 132
7-1622820-2 3520120KJT 132
7-1622820-3 352012KJT 132
7-1622820-4 352018KJT 132
7-1622820-5 35201M2JT 132
7-1622820-6 35201M5JT 132
7-1622820-7 35201M8JT 132
7-1622820-8 3520270KJT 132
7-1622820-9 352027KJT 132
7-1622821-0 CRL1220TR33JTD 33
7-1622821-1 CRL1220TR47JTD 33
7-1622821-2 CRL1220TR68JTD 33
7-1622821-3 CRL1220TR82JTD 33
7-1622824-1 RL73K1JR68JTD 32
7-1622824-2 RL73K1JR82JTD 32
7-1622825-0 RL73K2BR27JTD 32
7-1622825-1 RL73K2BR33JTD 32
7-1622825-2 RL73K2BR39JTD 32
7-1622825-3 RL73K2BR47JTD 32
7-1622825-4 RL73K2BR56JTD 32
7-1622825-6 RL73K2ER10JTD 32
7-1622826-0 CRG0402J2R7 130
7-1622826-1 CRG0402J3R3 130
7-1622826-2 CRG0402J3R9 130
7-1622826-3 CRG0402J4R7 130
7-1622826-4 CRG0402J5R6 130
7-1622826-5 CRG0402J6R8 130
7-1622826-6 CRG0402J8R2 130
7-1623746-0 ER74R068JT 58
7-1623746-1 ER74R082JT 58
7-1623746-2 ER74R10FT 58
7-1623746-3 ER74R10JT 58
7-1623746-4 ER74R10KT 58
7-1623746-5 ER74R12FT 58
7-1623746-6 ER74R12JT 58
7-1623746-7 ER74R13JT 58
7-1623746-8 ER74R15JT 58
7-1623746-9 ER74R18JT 58
7-1623771-0 C3A180RJT 56
7-1623771-1 C3A18RJT 56
7-1623771-2 C3A1R2JT 56
7-1623771-3 C3A200RJT 56
7-1623771-4 C3A2K0JT 56
7-1623771-5 C3A2K7JT 56
7-1623771-6 C3A2R0JT 56
7-1623771-7 C3A2R7JT 56
7-1623771-8 C3A30RJT 56
7-1623771-9 C3A330RJT 56
7-1623772-0 C7R24JT 56
7-1623772-1 C7R27JR 56
7-1623772-2 C7R27JT 56
7-1623772-3 C7R33JT 56
7-1623772-4 C7R39JT 56
7-1623772-5 C7R47JT 56
7-1623772-6 C7R68JT 56
7-1623772-7 C7R82JT 56
7-1623772-8 C715RJT 56
7-1623772-9 C76K8JT 56
7-1623927-0 CFR16J2R2 140
7-1623927-1 CFR16J2R7 140
7-1623927-2 CFR16J160K 140
7-1623927-3 CFR16J11K 140
7-1623927-4 CFR16J240K 140
7-1623927-5 CFR16J10M 140
7-1623928-0 CFR16J3K0 140
7-1623928-1 CFR16J91K 140
7-1623928-2 CFR16J4K3 140
7-1623928-3 CFR16J36K 140
7-1623928-4 CFR16J3K6 140
7-1623928-5 CFR16J620K 140
7-1623930-1 CFR25J2M2 140
7-1623930-2 CFR25J2M7 140
7-1623930-3 CFR25J2R0 140
7-1623930-4 CFR25J2R2 140
7-1623930-5 CFR25J2R7 140
7-1623930-6 CFR25J1M3 140
7-1623931-0 CFR25J750K 140
7-1623931-1 CFR25J750R 140
7-1623931-2 CFR25J75K 140
7-1623931-4 CFR25J75R 140
7-1623931-5 CFR25J7K5 140
7-1623931-6 CFR25J820K 140
7-1623931-7 CFR25J820R 140
7-1623931-8 CFR25J82K 140
7-1623931-9 CFR25J82R 140
7-1623932-1 CFR50J2K0 140
7-1623932-2 CFR50J2K2 140
7-1623932-3 CFR50J2K4 140
7-1623932-4 CFR50J2K7 140
7-1623932-5 CFR50J2M2 140
7-1623932-6 CFR50J2M7 140
7-1623932-8 CFR50J2R2 140

7-1623932-9 CFR50J2R7 140
7-1623933-2 CFR50J8K2/S 140
7-1623933-3 CFR50J8K2 140
7-1623933-4 CFR50J8M2 140
7-1623933-6 CFR50J8R2 140
7-1623933-8 CFR50J910R 140
7-1623933-9 CFR50J91K 140
7-1625890-0 ROX2SJ82K 144
7-1625890-1 ROX2SJ82R 144
7-1625890-2 ROX2SJ8K2 144
7-1625890-3 ROX2SJ8R2 144
7-1625890-4 ROX2SJ2K7 144
7-1625890-5 ROX2SJ1R5 144
7-1625890-6 ROX2SJR47 144
7-1625890-7 ROX2SJ330K 144
7-1625890-8 ROX2SJ390K 144
7-1625892-0 ROX3SJ6R8 144
7-1625892-1 ROX3SJ820R 144
7-1625892-2 ROX3SJ82K 144
7-1625892-3 ROX3SJ82R 144
7-1625892-5 ROX3SJ120R 144
7-1625892-6 ROX3SJ8K2 144
7-1625892-7 ROX3SJ18K 144
7-1625892-9 ROX3SJ8R2 144
7-1625963-0 HSA56R8J 60
7-1625963-1 HSA5510RJ 60
7-1625963-2 HSA5681RJ 60
7-1625963-3 HSA51K5F 60
7-1625963-4 HSA5681RF 60
7-1625963-5 HSA510KJ 60
7-1625963-6 HSA5R33J 60
7-1625963-7 HSA52R0J 60
7-1625963-8 HSA52R2J 60
7-1625963-9 HSA53R3J 60
7-1625966-0 HSA103K6F 60
7-1625966-1 HSA10R15J 60
7-1625966-2 HSA101R8F 60
7-1625966-3 HSA1056RJ 60
7-1625966-4 HSA10R22J 60
7-1625966-5 HSA10R47J 60
7-1625966-6 HSA10R50J 60
7-1625966-7 HSA101R0J 60
7-1625966-8 HSA102R0J 60
7-1625966-9 HSA1012RJ 60
7-1625971-0 HSA258R2J 60
7-1625971-2 HSA25R012J 60
7-1625971-3 HSA25R015J 60
7-1625971-4 HSA25R01E 60
7-1625971-5 HSA25R01J 60
7-1625971-6 HSA25R08F 60
7-1625971-7 HSA25R10F 60
7-1625971-8 HSA25R10J 60
7-1625984-1 HSA5056RJ 60
7-1625984-2 HSA505K6J 60
7-1625984-3 HSA505R0F 60
7-1625984-4 HSA505R6J 60
7-1625984-5 HSA50680RJ 60
7-1625984-6 HSA5068RJ 60
7-1625984-8 HSA506K8J 60
7-1625984-9 HSA506R0J 60
7-1625999-0 HSC100600RJ 60
7-1625999-1 HSC1006R04F 60
7-1625999-2 HSC10060RJ 60
7-1625999-3 HSC10082RJ 60
7-1625999-4 HSC10068KJ 60
7-1625999-5 HSC1008R0J 60
7-1625999-6 HSC1002K2G 60
7-1630477-0 H4P88K7BYAR 17
7-1630477-1 H4P1M25BCAR 17
7-1630477-2 H4P2M0FZAR 17
7-1630477-3 H4P11K3FCAR 17
7-1630477-4 H4P120KFCAR 17
7-1630477-5 H4P133KFCAR 17
7-1630477-6 H4P180KFCAR 17
7-1630477-7 H4P1K8FCAR 17
7-1630477-8 H4P1M8FCAR 17
7-1630477-9 H4P250KFCAR 17
7-1676480-0 CRG0402F510K 130
7-1676480-1 CRG0402F510R 130
7-1676480-2 CRG0402F51K 130
7-1676480-3 CRG0402F560K 130
7-1676480-4 CRG0402F560R 130
7-1676480-5 CRG0402F56K 130
7-1676480-6 CRG0402F5K1 130
7-1676480-7 CRG0402F5K6 130
7-1676480-8 CRG0402F620K 130
7-1676480-9 CRG0402F620R 130
7-1676845-0 H4P1M001BDAR 17
7-1676845-1 H4P2K74FCAR 17
7-1676845-2 H4P40R2FCAR 17
7-1676845-3 H4P49R9FCAR 17
7-1676845-4 H4P100KDCAR 17

7-1676845-5 H4P100RDCAR 17
7-1676845-6 H4P12KDCAR 17
7-1676845-7 H4P1K0DCAR 17
7-1676845-8 H4P1K5DCAR 17
7-1676845-9 H4P68KDCAR 17
7-1676913-0 YR1B2K21CC 21
7-1676913-1 YR1B2K26CC 21
7-1676913-2 YR1B2K32CC 21
7-1676913-3 YR1B2K49CC 21
7-1676913-4 YR1B2K55CC 21
7-1676913-5 YR1B2K67CC 21
7-1676913-6 YR1B2K87CC 21
7-1676913-7 YR1B2K8CC 21
7-1676913-8 YR1B2K94CC 21
7-1676913-9 YR1B2K0CC 21
7-1676914-0 YR1B5K76CC 21
7-1676914-1 YR1B5K9CC 21
7-1676914-2 YR1B604RCC 21
7-1676914-3 YR1B60K4CC 21
7-1676914-4 YR1B619KCC 21
7-1676914-5 YR1B619RCC 21
7-1676914-6 YR1B61R9CC 21
7-1676914-7 YR1B634RCC 21
7-1676914-8 YR1B63K4CC 21
7-1676914-9 YR1B649RCC 21
7-1676915-0 YR1B127RCC 21
7-1676915-1 YR1B12K4CC 21
7-1676915-2 YR1B130KCC 21
7-1676915-3 YR1B130RCC 21
7-1676915-4 YR1B133KCC 21
7-1676915-5 YR1B133RCC 21
7-1676915-6 YR1B137KCC 21
7-1676915-7 YR1B137RCC 21
7-1676915-8 YR1B13K7CC 21
7-1676915-9 YR1B13KCC 21
7-1676966-1 SMW282RJT 45
7-1676966-3 SMW2100RJT 45
7-1676966-5 SMW2120RJT 45
7-1676966-7 SMW2150RJT 45
7-1676966-9 SMW2180RJT 45
7-1879011-1 SMF2180KJT 45
7-1879011-3 SMF2220KJT 45
7-1879011-5 SMF2270KJT 45
7-1879011-7 SMF2330KJT 45
7-1879011-9 SMF2390KJT 45
7-1879021-1 SMW382RJT 45
7-1879021-3 SMW3100RJT 45
7-1879021-5 SMW3120RJT 45
7-1879021-7 SMW3150RJT 45
7-1879021-9 SMW3180RJT 45
7-1879022-1 SMF3270KJT 45
7-1879022-3 SMF3330KJT 45
7-1879022-5 SMF3390KJT 45
7-1879022-7 SMF3470KJT 45
7-1879022-9 SMF3560KJT 45
7-1879026-0 YR1B383KCC 21
7-1879026-1 YR1B38R3CC 21
7-1879026-2 YR1B39R2CC 21
7-1879026-3 YR1B402KCC 21
7-1879026-4 YR1B40R2CC 21
7-1879026-5 YR1B412KCC 21
7-1879026-6 YR1B41R2CC 21
7-1879026-7 YR1B422KCC 21
7-1879026-8 YR1B42R2CC 21
7-1879026-9 YR1B43R2CC 21
7-1879032-0 H4P72KFCAR 17
7-1879032-1 H4P780RFCAR 17
7-1879032-2 H4P7K87FCAR 17
7-1879032-3 H4P820KFCAR 17
7-1879032-4 H4P825RFCAR 17
7-1879032-5 H4P84K5FCAR 17
7-1879032-6 H4P8K25FCAR 17
7-1879032-7 H4P8K87FCAR 17
7-1879032-8 H4P909RFCAR 17
7-1879032-9 H4P90K9FCAR 17
8-1613454-0 H4P470RFZAR 17
8-1613454-1 H4P47KFZAR 17
8-1613454-2 H4P47RFZAR 17
8-1613454-3 H4P4K7FZAR 17
8-1613454-4 H4P500KFZAR 17
8-1613454-5 H4P50KFZAR 17
8-1613454-6 H4P510KFZAR 17
8-1613454-7 H4P510RFZAR 17
8-1613454-8 H4P51KFZAR 17
8-1613454-9 H4P51RFZAR 17
8-1614350-0 RN73C1J150RBTDF 6
8-1614352-2 RN73C2A392KBTDF 6
8-1614353-0 RN73C1J464RBTG 6
8-1614353-1 RN73C1J46K4BTG 6
8-1614353-2 RN73C1J46R4BTG 6
8-1614353-3 RN73C1J475RBTG 6
8-1614353-4 RN73C1J47K5BTG 6
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8-1614353-5 RN73C1J47R5BTG 6
8-1614353-6 RN73C1J487RBTG 6
8-1614353-7 RN73C1J48K7BTG 6
8-1614353-8 RN73C1J48R7BTG 6
8-1614353-9 RN73C1J499RBTG 6
8-1614354-0 RN73C1J90R9BTG 6
8-1614354-1 RN73C1J931RBTG 6
8-1614354-2 RN73C1J93R1BTG 6
8-1614354-3 RN73C1J953RBTG 6
8-1614354-4 RN73C1J95R3BTG 6
8-1614354-5 RN73C1J976RBTG 6
8-1614354-6 RN73C1J97R6BTG 6
8-1614354-7 RN73C1J9K09BTG 6
8-1614354-8 RN73C1J9K31BTG 6
8-1614354-9 RN73C1J9K53BTG 6
8-1622796-0 YR1B178RCC 21
8-1622796-1 YR1B17K4CC 21
8-1622796-2 YR1B17K8CC 21
8-1622796-3 YR1B182KCC 21
8-1622796-4 YR1B182RCC 21
8-1622796-5 YR1B187KCC 21
8-1622796-6 YR1B187RCC 21
8-1622796-7 YR1B18K2CC 21
8-1622796-8 YR1B18K7CC 21
8-1622796-9 YR1B191KCC 21
8-1622820-0 35202M2JT 132
8-1622820-1 35202M7JT 132
8-1622820-2 3520390KJT 132
8-1622820-3 35203K9JT 132
8-1622820-4 35203M3JT 132
8-1622820-5 35203M9JT 132
8-1622820-6 35204M7JT 132
8-1622820-7 3520560KJT 132
8-1622820-8 352056KJT 132
8-1622820-9 35205K6JT 132
8-1623746-0 ER74R22JT 58
8-1623746-1 ER74R22KT 58
8-1623746-2 ER74R25JT 58
8-1623746-3 ER74R27KT 58
8-1623746-4 ER74R33FT 58
8-1623746-5 ER74R33JT 58
8-1623746-6 ER74R33KT 58
8-1623746-7 ER74R47FT 58
8-1623746-8 ER74R47JT 58
8-1623746-9 ER74R47KT 58
8-1623771-0 C3A3K0JT 56
8-1623771-1 C3A3R0JT 56
8-1623771-2 C3A3R9JT 56
8-1623771-3 C3A51RJT 56
8-1623771-4 C3A5R1JT 56
8-1623771-5 C3A620RJT 56
8-1623771-6 C3A62RJT 56
8-1623771-7 C3A750RJT 56
8-1623771-8 C3A7R5JT 56
8-1623771-9 C3A820RJT 56
8-1623772-0 C718RJT 56
8-1623772-1 C71K5JT 56
8-1623772-2 C71R5JT 56
8-1623772-3 C71R8JT 56
8-1623772-4 C72K0JT 56
8-1623772-5 C72K7JT 56
8-1623772-6 C72R0JT 56
8-1623772-7 C74K7JT 56
8-1623772-8 C751RJT 56
8-1623772-9 C75R1JT 56
8-1623931-1 CFR25J8K2 140
8-1623931-3 CFR25J8M2 140
8-1623931-4 CFR25J8R2 140
8-1623931-5 CFR25J910K 140
8-1623931-6 CFR25J910R 140
8-1623931-7 CFR25J91K 140
8-1623931-8 CFR25J4K3 140
8-1623932-1 CFR50J10M/S 140
8-1623932-2 CFR50J16K 140
8-1623932-4 CFR50J180K/S 140
8-1623932-5 CFR50J120R/S 140
8-1623932-6 CFR50J1M0/S 140
8-1623932-7 CFR50J24R 140
8-1623933-0 CFR50J9K1 140
8-1623933-1 CFR50J620R 140
8-1623933-2 CFR50J680R/S 140
8-1623933-3 CFR50J7K5 140
8-1623933-4 CFR50J430R 140
8-1623933-5 CFR50J5K1 140
8-1623933-6 CFR50J5R6/S 140
8-1623933-7 CFR50J560R/S 140
8-1623933-8 CFR50J560K/S 140
8-1623933-9 CFR50J750K 140
8-1625890-0 ROX2SJ820K 144
8-1625890-1 ROX2SJ3R3 144
8-1625890-2 ROX2SJ560K 144
8-1625890-3 ROX2SJ680K 144

8-1625890-5 ROX2SJ200K 144
8-1625892-0 ROX3SJ1R2 144
8-1625892-1 ROX3SJ1R5 144
8-1625892-2 ROX3SJ270K 144
8-1625892-3 ROX3SJ330K 144
8-1625892-4 ROX3SJ390K 144
8-1625892-5 ROX3SJ560K 144
8-1625892-6 ROX3SJ5R6 144
8-1625892-7 ROX3SJ680K 144
8-1625892-8 ROX3SJ820K 144
8-1625963-0 HSA515RJ 60
8-1625963-1 HSA547RJ 60
8-1625963-2 HSA556RJ 60
8-1625963-3 HSA568RJ 60
8-1625963-4 HSA575RJ 60
8-1625963-5 HSA5150RJ 60
8-1625963-6 HSA5330RJ 60
8-1625963-7 HSA5560RJ 60
8-1625963-8 HSA5680RJ 60
8-1625963-9 HSA52K2J 60
8-1625966-0 HSA1047RJ 60
8-1625966-1 HSA1050RJ 60
8-1625966-2 HSA1075RJ 60
8-1625966-3 HSA10220RJ 60
8-1625966-4 HSA101K0J 60
8-1625966-5 HSA102K2J 60
8-1625966-6 HSA103K3J 60
8-1625966-7 HSA104K7J 60
8-1625966-8 HSA105K6J 60
8-1625966-9 HSA106K8J 60
8-1625971-0 HSA25R17E 60
8-1625971-1 HSA25R22F 60
8-1625971-2 HSA25R22J 60
8-1625971-3 HSA25R43J 60
8-1625971-4 HSA25R47J 60
8-1625971-6 HSA25R68J 60
8-1625971-7 HSA25R82J 60
8-1625971-8 HSA2515KE 60
8-1625971-9 HSA252K2J 60
8-1625984-0 HSA506R8J 60
8-1625984-1 HSA5075RJ 60
8-1625984-2 HSA507R5J 60
8-1625984-3 HSA50820RJ 60
8-1625984-4 HSA5082RJ 60
8-1625984-5 HSA508K2J 60
8-1625984-6 HSA508R2J 60
8-1625984-7 HSA50R01J 60
8-1625984-8 HSA50R025J 60
8-1625984-9 HSA50R02J 60
8-1630477-0 H4P330KFCAR 17
8-1630477-1 H4P10KDCAR 17
8-1630477-2 H4P10RDCAR 17
8-1630477-3 H4P120RDCAR 17
8-1630477-4 H4P150RDCAR 17
8-1630477-5 H4P1M0DCAR 17
8-1630477-6 H4P22KDCAR 17
8-1676480-0 CRG0402F62K 130
8-1676480-1 CRG0402F680K 130
8-1676480-2 CRG0402F680R 130
8-1676480-3 CRG0402F68K 130
8-1676480-4 CRG0402F6K2 130
8-1676480-5 CRG0402F6K8 130
8-1676480-6 CRG0402F750K 130
8-1676480-7 CRG0402F750R 130
8-1676480-8 CRG0402F75K 130
8-1676480-9 CRG0402F7K5 130
8-1676845-0 H4P22KFCAR 17
8-1676845-1 H4P56RFCAR 17
8-1676845-2 H4P110RFCAR 17
8-1676845-3 H4P1MODZAR 17
8-1676845-4 H4P100RDZAR 17
8-1676845-5 H4P10KDZAR 17
8-1676913-0 YR1B301KCC 21
8-1676913-1 YR1B301RCC 21
8-1676913-2 YR1B309RCC 21
8-1676913-3 YR1B30K9CC 21
8-1676913-4 YR1B316RCC 21
8-1676913-5 YR1B31K6CC 21
8-1676913-6 YR1B324RCC 21
8-1676913-7 YR1B32K4CC 21
8-1676913-8 YR1B332KCC 21
8-1676913-9 YR1B33K2CC 21
8-1676914-0 YR1B64K9CC 21
8-1676914-1 YR1B64R9CC 21
8-1676914-2 YR1B665RCC 21
8-1676914-3 YR1B66K5CC 21
8-1676914-4 YR1B681KCC 21
8-1676914-5 YR1B681RCC 21
8-1676914-6 YR1B68R1CC 21
8-1676914-7 YR1B698RCC 21
8-1676914-8 YR1B69K8CC 21
8-1676914-9 YR1B6K04CC 21

8-1676915-0 YR1B140KCC 21
8-1676915-1 YR1B140RCC 21
8-1676915-2 YR1B143KCC 21
8-1676915-3 YR1B147KCC 21
8-1879011-1 SMF2470KJT 45
8-1879011-3 SMF2560KJT 45
8-1879011-5 SMF2680KJT 45
8-1879011-7 SMF2820KJT 45
8-1879011-9 SMF21M0JT 45
8-1879021-1 SMW3220RJT 45
8-1879021-3 SMW3270RJT 45
8-1879022-1 SMF3680KJT 45
8-1879022-3 SMF3820KJT 45
8-1879022-5 SMF31M0JT 45
8-1879026-0 YR1B442KCC 21
8-1879026-1 YR1B44R2CC 21
8-1879026-2 YR1B453KCC 21
8-1879026-3 YR1B45R3CC 21
8-1879026-4 YR1B464KCC 21
8-1879026-5 YR1B46R4CC 21
8-1879026-6 YR1B47R5CC 21
8-1879026-7 YR1B487KCC 21
8-1879026-8 YR1B48R7CC 21
8-1879026-9 YR1B499KCC 21
8-1879032-0 H4P90R9FCAR 17
8-1879032-1 H4P910KFCAR 17
8-1879032-2 H4P82K5FCAR 17
8-1879032-3 H4P180KFDAR 17
8-1879032-4 H4P240KFDAR 17
8-1879032-5 H4P270KFDAR 17
8-1879032-6 H4P220KDCAR 17
8-1879032-7 H4P3K3DCAR 17
8-1879032-8 H4P680RDCAR 17
8-1879032-9 H4P750RDCAR 17
9-1613454-0 H4P560KFZAR 17
9-1613454-1 H4P560RFZAR 17
9-1613454-2 H4P56KFZAR 17
9-1613454-3 H4P56RFZAR 17
9-1613454-4 H4P5K1FZAR 17
9-1613454-5 H4P5K6FZAR 17
9-1613454-6 H4P5R1FZAR 17
9-1613454-7 H4P620KFZAR 17
9-1613454-8 H4P620RFZAR 17
9-1613454-9 H4P62KFZAR 17
9-1614353-0 RN73C1J49K9BTG 6
9-1614353-1 RN73C1J49R9BTG 6
9-1614353-2 RN73C1J4K02BTG 6
9-1614353-3 RN73C1J4K12BTG 6
9-1614353-4 RN73C1J33KBTDF 6
9-1614353-5 RN73C1J33KBTD 6
9-1614353-6 RN73C1J470RBTD 6
9-1614354-0 RN73C1J9K76BTG 6
9-1614354-1 RN73C1J4K7BTD 6
9-1614354-2 RN73C1J6K81BTDF 6
9-1614354-3 RN73C1J80K6BTG 6
9-1622796-0 YR1B191RCC 21
9-1622796-1 YR1B196KCC 21
9-1622796-2 YR1B196RCC 21
9-1622796-3 YR1B19K1CC 21
9-1622820-0 35205M6JT 132
9-1622820-1 35206M8JT 132
9-1622820-2 3520820KJT 132
9-1622820-3 352082KJT 132
9-1622820-4 35208M2JT 132
9-1622820-5 35203R0JT 132
9-1622820-6 352030RJT 132
9-1623746-0 ER74R50JT 58
9-1623746-1 ER74R56JT 58
9-1623746-2 ER74R68JT 58
9-1623746-4 ER74200RJT 58
9-1623746-5 ER74R16FT 58
9-1623746-6 ER74R10DT 58
9-1623746-8 ER74R22DP 58
9-1623746-9 ER74R051FT 58
9-1623771-0 C3AR20JT 56
9-1623771-1 C3AR51JT 56
9-1623771-2 C3AR82JT 56
9-1623771-3 C3A1K5JT 56
9-1623771-4 C3AR13JT 56
9-1623771-5 C3A4R3JT 56
9-1623771-6 C3A82RGT 56
9-1623771-7 C3A360RJT 56
9-1623772-0 C7750RJT 56
9-1623772-1 C7R12JT 56
9-1623772-2 C7R50JT 56
9-1623772-3 C7R51JT 56
9-1623772-4 C7R56JT 56
9-1623772-5 C7R16JT 56
9-1623772-6 C7620RJT 56
9-1623772-7 C7R90GT 56
9-1625892-0 ROX3SG470R 144
9-1625892-1 ROX3SJ120K 144

9-1625892-2 ROX3SJ2R7 144
9-1625892-3 ROX3SJR15 144
9-1625892-5 ROX3SG6R8 144
9-1625963-0 HSA53K3J 60
9-1625963-1 HSA54K7J 60
9-1625963-2 HSA55K6J 60
9-1625963-3 HSA56K8J 60
9-1625963-4 HSA55R6F 60
9-1625963-5 HSA522RF 60
9-1625963-6 HSA53R3F 60
9-1625963-7 HSA55R6J 60
9-1625963-8 HSA5226R6E 60
9-1625963-9 HSA5316RE 60
9-1625966-0 HSA10560RF 60
9-1625966-1 HSA1015KE 60
9-1625966-2 HSA1012KJ 60
9-1625966-3 HSA10R62J 60
9-1625966-4 HSA101K3J 60
9-1625966-5 HSA1033RJ 60
9-1625966-6 HSA1020RJ 60
9-1625966-7 HSA10R47F 60
9-1625966-8 HSA1010RF 60
9-1625966-9 HSA1015RF 60
9-1625971-1 HSA252R0J 60
9-1625971-2 HSA258K2J 60
9-1625971-3 HSA2512RJ 60
9-1625971-4 HSA256K8J 60
9-1625971-5 HSA25R01K 60
9-1625971-6 HSA255R6J 60
9-1625971-7 HSA2510KE 60
9-1625971-8 HSA25R39E 60
9-1625971-9 HSA25R15J 60
9-1625984-0 HSA50R05J 60
9-1625984-1 HSA50R10F 60
9-1625984-2 HSA50R10J 60
9-1625984-3 HSA50R15J 60
9-1625984-4 HSA50R18J 60
9-1625984-5 HSA50R24J 60
9-1625984-6 HSA50R27J 60
9-1625984-7 HSA50R33J 60
9-1625984-8 HSA50R47J 60
9-1625984-9 HSA50R56J 60
9-1676480-0 CRG0402F820K 130
9-1676480-1 CRG0402F820R 130
9-1676480-2 CRG0402F82K 130
9-1676480-3 CRG0402F8K2 130
9-1676480-4 CRG0402F910K 130
9-1676480-5 CRG0402F910R 130
9-1676480-6 CRG0402F91K 130
9-1676480-7 CRG0402F9K1 130
9-1676913-0 YR1B340RCC 21
9-1676914-0 YR1B66R5CC 21
9-1879026-0 YR1B49R9CC 21
9-1879026-1 YR1B12RCC 21
9-1879032-0 H4P75RDCAR 17
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Europe/ Middle East/Africa

Austria - Vienna
Phone: +43-1-90-560-0
Fax: +43-1-90-560-1333

Belgium - Kessel-Lo
Phone: +32-16-352-300
Fax: +32-16-352-352

Bulgaria - Sofia
Phone: +359-2-971-2152
Fax: +359-2-971-2153

Czech Republic - Kurim
Phone: +420-5-41-162-111
Fax: +420-5-41-162-223

Denmark - Glostrup
Phone: +45-70-15-52-00
Fax: +45-4344-1414

Egypt - Cairo
Phone: +20-2-417-76-47
Fax: +20-2-419-23-34

Finland - Helsinki
Phone: +358-95-12-34-20
Fax: +358-95-12-34-250

France - Cergy-Pontoise
Cedex
Phone: +33-1-3420-8888
Fax: +33-1-3420-8600

Product Information Centre:
Phone: +33-1-3420-8686
Fax: +33-1-3420-8623
France Export Divisions -
Cergy-Pontoise Cedex
Phone: +33-1-3420-8888
Fax: +33-1-3420-8600

Germany - Bensheim
Phone: +49-6251-133-0
Fax: +49-6251-133-

1600

Product Information Centre:
Phone: +49-6251-133-

1999
Fax: +49-6251-133-

1988

Greece - Athens
Phone: +30--210-93-70-

396/7
Fax: +30--210-93-70-

655

Hungary - Budapest
Phone: +36-1-289-1000
Fax: +36-1-289-1010

Ireland - Dublin
Phone: +353-1-820-3000
Fax: +353-1-820-9790

Israel - Petach Tikva
Phone: +972-3-929-0999
Fax: +972-3-919-1088

Italy - Collegno
Phone: +39-011-4012-111
Fax: +39-011-4031-116

Product Information Centre:
Phone: +39-011-4012-360
Fax: +39-011-40287-

360

Lithuania - Vilnius
Phone: +370-5-2131-402
Fax: +370-5-2131-403

Netherlands - 
‘s-Hertogenbosch
Phone: +31-73-6246-246
Fax: +31-73-6212-365

Product Information Centre:
Phone: +31-73-6246-999
Fax: +31-73-6246-998

Norway - Nesbru
Phone: +47-66-77-88-99
Fax: +47-66-77-88-55

Poland - Warsaw
Phone: +48-22-4576-700
Fax: +48-22-4576-720

Romania - Bucharest
Phone: +40-21-311-

3479+3596
Fax: +40-21-312-0574

Russia - Moscow
Phone: +7-095-926-55-

06...09
Fax: +7-095-926-55-05

Russia - St. Petersburg
Phone: +7-812-118-8192
Fax: +7-812-118-8193

Slovenia - Ljubtjana
Phone: +386-1561-3270
Fax: +386-1561-3240

South Africa - Port Elizabeth
Phone: +27-41-405-4500
Fax: +27-41-486-1314

Spain - Barcelona
Phone: +34-93-291-0330
Fax: +34-93-201-7879

Product Information Centre:
Phone: +34-93-291-0330
Fax: +34-93-200-3779

Sweden - Upplands Väsby
Phone: +46-8-50-72-50-00
Fax: +46-8-50-72-50-01

Switzerland - Steinach
Phone: +41-71-447-0447
Fax: +41-71-447-0444

Turkey - Istanbul
Phone: +90-212-281-

8181...3
+90-212-282-
5130/5430

Fax: +90-212-281-8184

Ukraine - Kiev
Phone: +38-044-238-6908
Fax: +38-044-568-5740

United Kingdom -
Stanmore, Middlesex
Phone: +44-8706-080-208
Fax: +44-208-954-6234

Product Information Centre:
Freephone UK: 0800-627-

666
Fax: +44-208-420-8087

http://passives.tycoelectronics.com
www.tycoelectronics.com
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