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A CONTACT: DUPLEX PLATED: 0.76 MICROMETERS [.000030] GOLD IN CONTACT
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P LTR DESCRIPTION

DATE

DWN APVD

B RESIN SUPPLIER CHANGE FOR THE HOUSING

02DEC2021

SCBIKJUK

HOUSING: GLASS FILLED, FLAME RETARDANT POLYESTER, BLACK
CONTACTS: PHOSPHOR BRONZE.

AREA 3.81—7.62 MICROMETERS (.000150—.000300) BRIGHT TIN ON,
LEADS, ALL OVER 1.27 MICROMETERS[.000050] MINIMUM NICKEL.

DIMENSION APPLIES TO HOUSING CAVITY CENTERLINES ONLY.
POINT OF MEASUREMENT FOR PLATING THICKNESS.
POINT OF CONTACT DIMENSION.

PART NUMBER AND DATE CODE ARE IN MARKED
IN APPROXIMATE LOCATION SHOWN.

TOLERANCE IS NON—CUMULATIVE.

DATUMS AND BASIC DIMENSIONS ESTABLISHED
BY CUSTOMER.

NO CENTER HOLD DOWNS.

PACKAGED IN TAPE AND REEL PER EIA

481 SPECIFICATIONS.

FOR 2 POS, DATE CODE IS STAMPED OPPOSITE SIDE
OF TE LOGO.

TE TRADEMARK AND CSA LOGO ARE MOLDED

INTO HOUSING.

NO PART NUMBER REQUIRED ON THIS PART.

CONTACT: DUPLEX PLATED 0.76 MICROMETERS (.000030) GOLD IN CONTACT
AREA, 3.81—7.62 MICROMETERS (.000150—.000300)MATTE TIN ON LEADS,
ALL OVER 1.27 MICROMETERS (.000050) MINIMUM NICKEL.

ROHS 2002/95/EC COMPLIANT

OBSOLETE PARTS: OBSOLETE CIS STREAMLINING PER D.RENAUD/D.SINISI
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