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1  CONNECTOR MATERIAL:
    HOUSING: LCP BLACK UL94 V-0
    INSERT: LCP BLACK UL94 V-0
    SHIELD: BRASS
    SHIELD PLATING: NICKEL
    CONTACT: COPPER ALLOY

    CONTACT PLATING: SELECTIVE GOLD, MIN. 0.76μm (30μinch) IN CONTACT AREA

                                        OVER MIN. 1.27μm (50μinch) NICKEL 

    SOLDER PIN PLATING: 3.05μm (120μinch) TIN OVER 1.27μm (50μinch) NICKEL 
                                            OVER ALL
    SHIELDING PIN PLATING: NICKEL 
2  PIN NOT ELECTRICALLY CONNECTED MAYBE OMITTED SEE ELECTRICAL CIRCUIT 
    DIAGRAM FOR OMITTED PINS
3  RJ45 CAVITIY DIMENSION CONFORM TO FCC PART 68    
4  THE PART IS RECOMMENDED FOR REFLOW SOLDERING PROCESS PEAK  
    SOLDERING: TEMPERATURE  MAX. +260°C, MAX. 10s
5  OPERATING TEMPERATURE: T= -40°C TO +85°C
6  STORAGE TEMPERATURE:   T= -40°C TO +85°C
7  UNLESS OTHERWISE SPECIFIED, SEE TABLE FOR ALL DIMENSIONS TOLERANCES 
8  JACK CONFIGURATION: 1 x 1
    TAB DIRECTION:  DOWN
9  AUTOMATED PLACEMENT: FOR FORCE-FREE ASSEMBLY WITHOUT THE ALIGNMENT
    FUNCTION WIDEN TO MIN. 3.40 mm DIAMETER

10 PACKAGING:  REEL (T+R) ACCORDING TO PACKAGING SPECIFICATION 107-18116



SUGGESTED PCB LAYOUT

UNIT: mm / inch

TOLERANCES: ±0.10 / 0.004
ONLY FOR THIS VIEW

CONNECTOR BOUNDARY
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ELECTRICAL CIRCUIT DIAGRAM

(P4~P5):(J3~J6) = 1:1±2% 

(P6~P7):(J4~J5) = 1:1±2% 

(P8~P9):(J7~J8) = 1:1±2% 

100-125MHz   -1.2dB MAX. 

  40-100MHz     -10dB+20log(f/80MHz) MIN. 


