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INDUSTRIAL MINI I/O PIERCING
PLUG CONNECTOR KIT

2012

12JUN2012

00779

BY Tyco Electronics Japan G.K.
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-0.10

REF1.59

8.7

 MAX7.1

34REF

1 1 1 1 1 1 1 THERMO PLASTIC PLUG COVER HSG BOTTOM 7
1 1 1 1 1 1 1 THERMO PLASTIC LOCK HSG 6

2 2 - - - - -

THERMO PLASTIC

CABLE HSG �n�1.10-1.20
COLOR : GREEN

5 - - 1 2 2 - - CABLE HSG �n�0.93-1.05
COLOR : RED

- - 1 - - 2 2 CABLE HSG �n�1.05-1.15
COLOR : BLUE

1 1 1 1 1 1 1

HSG
MATERIAL:THERMO PLASTIC
 
CONTACT
MATERIAL:COPPER ALLOY
FINISH:Ni PLATING ALL OVER
          CONTACT AREA Au PLATING
          TERMINATION AREA Au PLATING

PLUG SUB ASSY 4

1 1 1 1 1 1 1 MATERIAL:COPPER ALLOY
FINISH:NICKEL PLATING
 

BOTTOM SHELL 3

1 - - 1 - 1 - MATERIAL:COPPER ALLOY
FINISH:NICKEL PLATING
 

PLUG TOP SHELL TYPEII
2

- 1 1 - 1 - 1 MATERIAL:COPPER ALLOY
FINISH:NICKEL PLATING
 

PLUG TOP SHELL TYPEI

1 1 1 1 1 1 1 THERMO PLASTIC PLUG COVER HSG TOP 1
1- -6 -6 -3 1- -2 -2 1- -1 -1 MATERIAL/FINISH PART NAME ITEM

LL LL M+L M M L L
CIRCUIT NO.

1.   -1 : TYPE I , INSULATION DIAMETER 1.05-1.15mm (L)
  1- -1 : TYPE II, INSULATION DIAMETER 1.05-1.15mm (L)
     -2 : TYPE I , INSULATION DIAMETER 0.93-1.05mm (M)
  1- -2 : TYPE II, INSULATION DIAMETER 0.93-1.05mm (M)
     -3 : TYPE I , INSULATION DIAMETER 0.93-1.05mm 1PC, 1.05-1.15mm 1PC (M+L)
     -6 : TYPE I , INSULATION DIAMETER 1.1-1.2mm (LL)
  1- -6 : TYPE II, INSULATION DIAMETER 1.1-1.2mm (LL)

-1 : AS SHONW

-1 : AS SHONW
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MATING SHAPE : TYPE II
1-2201855-1/-2

SCALE  3:1

MATING SHAPE : TYPE 1
2201855-1/-2/-3/-6

SCALE  3:1
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